Arlington &

Reliable hanging support for fixture boxes, fixtures, cable tray and other static loads up to 75 Ibs =
requiring drop wire support. —
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DWB0805 06805 . . 1 10 5’ -
Straight Kit ) P
DWB0812 06883 o el 1 10 10 Z
DWB0815 06815 holds static loads up to 1 10 15’ g
DWB0820 06820 il s 110 2 c
.080" wire) ,
DWB0830 06830 1 10 30 n
DWH0805 15022 Straight Kit with Hook holds ! 10 5
DWHO0810 15023 static loads up to 75 Ibs 1 10 10
DWT0805 15020 Straight Kit with Toggle holds ! 10 5
DWT0810 15021 static loads up to 75 Ibs 1 10 10"
“Y" Kit with Hooks Two Pack ,
DWY2Ho810 1312 holds static loads up to 150 Ibs 2 10 10
DWYH0805 11307 18 Inch "Y* Kit 1 10 5
DWYH0810 11308 with Hooks 1 10 10
DWYH0815 11309 e 1 10 15’
up to 75 Ibs
DWYH0820 11310 (w/ supplied 1 10 20
DWYH0830 1311 s 1 10 30
DWY2T0810 11306 “Y" Kit with Toggles 2 10 10
Two Pack holds static loads up ,
DWY2T0812 11314 to 150 Ibs 2 10 5
DWYT0812 11313 12 Inch “Y” Kit with Toggles 1 10 5
DWYT0805 11301 1 10 5
DWYT0810 11302 18 Inch “Y” Kit with Toggles 1 10 10’
DWYT0815 11303 holds static loads 1 10 15'
up to 75 Ibs
DWYT0820 11304 (w/ Supplied .080" wire) 1 10 20’
DWYT0830 11305 1 10 30
Wire hanger for static loads up
FLG3* 01590 to 75 Ibs on .080" galvanized 50 50 -
braided wire
500" Roll of .062" Galvanized
BW562 83775 Braided Support Wire 1 4 500"
50 Ib Capacity
500’ Roll of .080"” Galvanized
BW580 21250 Braided Support Wire 1 4 500"
75 Ib Capacity
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NEW Thumb
Screw Adjustment

KITS ONLY
i w\‘\

Secure grip on wire: 1.250 @
BW580 Tightening this screw engages — H H

six points of contact on wire.
FLG3 ships fully assembled.

Scan For Video

Easy to use: =0.625=—
E E Push wire through connector = 942
- and out the other side. Loop D

wire back through connector.

E Tighten screw.
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