
(UL) THERMOSTAT CABLE
Plenum Rated
UL Listed Type CL-3P

CONSTRUCTION

Conductor - Solid Bare copper.

Insulation - OMNI-PLEN, low smoke insulation.

Jacket - OMNI-PLEN, low smoke jacket.

Part
# AWG Conductors Insulation

Thickness
Jacket

Thickness
Nom.
O.D. Lbs./M'

G91802 18 2 .010″ .009″ .138″ 16.8

G91803 18 3 .008″ .016″ .144″ 23

G91804 18 4 .008″ .016″ .160″ 29.2

G91805 18 5 .008″ .016″ .174″ 36

G91806 18 6 .008″ .016″ .188″ 41.4

G91808 18 8 .008″ .016″ .205″ 53.9

G91810 18 10 .008″ .016″ .244″ 76

* Also available in Bulk Lengths.

Note: The data shown is approximate and subject to standard industry and
manufacturer tolerances.
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COLOR CODE CHART
Cond. # Color

1 Black

2 White

3 Red

4 Green

5 Brown

6 Blue

7 Orange

8 Yellow

9 Purple

10 Gray


