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HSS Bell Hanger - Feeler Bits With Fish Hole (Electrical / Wire)

Part # Size OAL Shank  Qty. List Part # Size OAL  Shank Qty. List
308BH1200  3/16" 12’ 3116 1 308BH2403  3/8" 24" 3/8” 1
_ 308BH1800  3/16" 18’ 3116 1 308BH3003  3/8” 30" 3/8’ 1
¢ Fish Hole In Flute \ . \ 308BH4203 38" 42 38 1
For Pulling Wire 308BH1201  1/4 12 174 1 ; \ ;
_ _ ., , , 308BH4803  3/8 48 3/8 1
¢ Special Point For 308BH1801 1/4 18 1/4 1
Fast Drilling In 308BH2401  1/4" 247 1/4” 1 308BH1806  7/16" 18’ 3/8” 1
308BH3001  1/4” 30" 1/4” 1
ood & Metal 308BH4201  1/4" 42’ 1/4” 1 308BH1204 12" i o !
¢ Tapering For 308BH1804 12" 18" 3/8” 1
Quick Chip 308BH1202  5/16" 12" 5/16" 1 308BH2404  1/2° 24 3/8” 1
Clearance 308BH1802  5/16" 18’ 5/16” 1 308BH3004  1/2° 30" 3/8’ 1
308BH2402  5/16" 247 5/16 1 308BH4204  1/2" 42 3/8” 1
2 Telephone " g »
pho 308BH1203 38" 12 - . 308BH4804  1/2 48 3/8 1
Installation ., N ) .,
308BH1803  3/8” 18 3/8 1 308BH1858  5/8” 18 112 1
2 Burglar Alarms
> Wire & Cable 308BH1805  3/4” 18" 1/2" 1
Applications 308BH1810  1” 18" 112" 1
S —_— W\MM

ALL BELL HANGER
DRILL BITS ARE SOLD

¢ Fish Hole In Flute

CARBON STEEL Bell Hanger - Feeler Bits With Fish Hole

INDIVIDUALLY Part # Size OAL  Shank  Qty. List Part # Size OAL  Shank Qty. List
308CS1412 1/4” 127 1/4” 1 308CS3818 3/8” 18” 3/8” 1
308CS1418 1/4” 18” 1/4” 1 308CS3824 3/8” 247 3/8” 1
308CS1424 1/4” 24 1147 1

Less expensive than High Speed Steel (HSS) - Carbon Steel drills all wood, studs, aluminum, insulation, and drywall. Will not per-
form as well as HSS in steel.

Carbide Tip Bell Hanger - Feeler Bits With Fish Hole (Electrical / Wire)

For Pulling Wire Part # Size OAL Shank Qty. List Part # Size OAL Shank Qty. List
¢ Special Point For 308CT1301 14" 13 1/4” 1 308CT1304 12" 13 38’ 1
Fast Drilling In 308CT1801 14" 18’ 14 1 308CT1804 120 18" 38 1
Masonry & Wood 308CT2401  1/4 247 1/4” 1 308CT2404  1/2 247 3/8” 1
> Telephone 308CT1302  5/16" 13" 5/16” 1 308CT3004 172 30 358 !
Installation 308CT1802  5/16" 18 5/16 1 308CT1305  3/4 13 112 1
308CT2402  5/16" 24" 5/16" 1 308CT1805  3/4” 18" 1/2" 1
> Burglar Alarms
2 Wire & Cable 308CT1303  3/8" 13 3/8” 1
Applications 308CT1803  3/8" 18" 3/8” 1
308CT2403  3/8" 24 3/8” 1
308CT3003  3/8" 30" 3/8” 1
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