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Product VoltageEquivalency
Replacement  
Range

Delivered 
 Lumens

Mounting
Height

*IES Distrubution Type II listed. For additional distribution types visit rabweb.com. †Flood Lumens only. Please visit rabweb.com for details on Spot Lumens.
 ††Available in 480V. Please visit rabweb.com for details on 480V. �DLC Premimum certified.

WP1LED30  � 100W MH 75-100W MH 3,392 8 - 20' 120-277††

WP2LED24  � 70W MH 75-100W MH 2,998 12 - 20' 120-277††

WP2LED37  � 175W MH 120-150W MH 4,387 12 - 20' 120-277††

WP3LED55  � 400W MH 320-400W MH 7,026 12 - 30' 120-277†† 

WP3LED65  � 400W MH 320-400W MH 7,559 12 - 30’ 120-277†† 

WP3LED82  � 400W MH 320-400W MH 9,280 12 - 30’ 120-277††

WPTLED12   35W HPS/50W MH 35W HPS/50W MH 1,371 7 - 10' 120-277††  
WPTLED25   50W HPS/70W MH 50W HPS/70W MH 2,588 7 - 15' 120-277††  
WPTLED40   100W HPS/150W MH 100W HPS/150W MH 4,021 15 - 20' 120-277††

ENTRA12   70W HPS 50-70W HPS 1,284 8 - 10' 120-277††

WPLED5   13W CFL or 60W Incan. 13-26W CFL, 13-60W Incan. 196 8 - 10' 120-240††

WPLED10   70W MH 35-100W MH 1,063 8 - 12' 120-240††

WPLED13   100W MH 70-150W MH 1,064 8 - 20' 120-277†† 

WPLED18  � 150W MH 120-175W MH 2,044 10 - 25' 120-277††

WPLED20   150W MH 120-175W MH 1,401 10 - 25' 120-277††

WPLED26  � 175W MH 150-200W MH 3,475 10 - 25' 120-277††  
WPLED4T50  � 200W MH 70-200W MH 7,517 20 - 35' 120-277††

WPLED52  � 250W MH 250W MH 7,122 20 - 35' 120-277††

WPLED4T78  � 400W MH 200-400W MH 10,157 15 - 25' 120-277††  
WPLED80  � 320W MH 320W MH 9,437 20 - 35' 120-277††

WPLED104  � 400W MH 200-400W MH 13,129 20 - 35' 120-277††

WPLED4T105  � 400W MH 320-400W MH 13,680 20 - 30' 120-277††

WPLED4T125  � 400W MH 320-400W MH 16,328 25 - 35' 120-277††

WPLED4T150  � 400W MH 320-400W MH 18,464 25 - 35' 120-277†† 
 WPLED4T260  � 750W MH 400-750W MH 27,428 20 - 30' 120-277††

WPLED4T360  � 1,000W MH 750-1,000W MH 37,366 25 - 35' 120-277††

BRISK8  � 13W CFL or 75W Incan. 13-26W CFL, 13-75W Incan. 998 8 - 10' 120-277††  
BRISK12  � 26W CFL 26W CFL 1,596 8 - 10' 120-277 †† 
BRISKXL24  � 50W MH 50-70W MH 2,936 8 - 15' 120-277 †† 
BRISKXL40  � 100W MH or 50W HPS 70-100W MH 4,827 10 - 20' 120-277 †† 
SLIM12  � 70W MH 50-70W MH 1,978 1.5 - 10' 120-277††

SLIM18  � 100W MH 70-100W MH 2,650 3 - 15' 120-277††

SLIM26  � 175W MH 120-175W MH 3,516 10 - 20' 120-277††

SLIM37  � 200W MH 150-200W MH 3,905 10 - 20' 120-277††

SLIM57  � 250W MH 175-250W MH 5,579 15 - 25' 120-277††

SLIM62  � 320W MH 175-320W MH 6,395 15 - 30' 120-277††

BULLET12   75W BR30/halogen  75W BR30/halogen  1,240 -----      120††

CANVAS78   250W MH 150-320W MH 9,784 0 - 35' 120-277†† 
EZLED78   250W MH 150-320W MH 8,859 0 - 35’ 120-277††

FFLED18  � 70W MH 35-150W MH 2,310 8 - 15' 120-277††

FFLED26  � 100W MH 70-100W MH 4,131 8 - 15' 120-277†† 
FFLED39  � 150W MH 120-175W MH 5,666 10 - 20' 120-277††

FFLED52  � 175W MH 150-175W MH 6,935 10 - 20' 120-277††  
FFLED80  � 250W MH 150-320W MH 9,672 0 - 35' 120-277††

FXLED78  � 250W MH 150-320W MH 9,559 0 - 35' 120-277††

FXLED105  � 400W MH 320-400W MH 13,604 0 - 35' 120-277††

FXLED125  � 400W MH 320-400W MH 16,951 0 - 35' 120-277††

FXLED150  � 400W MH 320-400W MH 18,755 0 - 35' 120-277††

FXLED200  � 400W MH 320-400W MH 27,005 0 - 35' 120-277††

FXLED300  � 1000W MH 1000W MH 38,292 0 - 35' 120-277†† 

 HBLED10   45W PAR  45-75W PAR 338† ----- 120-240††

HBLED13   90W PAR 90-100W PAR 724† ----- 120-277††

HSLED13   90W PAR  90-100W PAR 787 ----- 120-277†† 
 HBLED18   90W PAR 90-120W PAR 2,107† ----- 120-277††

HBLED26   120W MH 120-150W MH 2,662† ----- 120-277†† 

LFLED5   35W MR16 35W MR16 299† ----- 120-240††

LFLED8   50W MR16 50W MR16 588† ----- 120-240††

LES13 �  75W BR30/halogen  75W BR30/halogen  1,169 -----      120††

PIP15/D10  � 70W MH 70-100W MH 2,091 8 - 15' 120-277†† 
 PIP20/D10  � 100W MH 70-100W MH 2,728 8 - 15' 120-277††

PIP30/D10  � 150W MH 120-150W MH 4,162 8 - 15' 120-277†† 
PIP45/D10  � 150W MH 120-150W MH 6,387 8 - 15' 120-277††

Traditional-look  
wallpacks

Wallpacks

Low-profile 
 wallpacks

Floodlights
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*IES Distrubution listed. For all additional IES distribution types visit rabweb.com  ††Available in 480V. Please visit rabweb.com for details on 480V.

ALED10  35W MH 35-50W MH 547 10 - 15' 120-240††

ALED13  50W MH 35-70W MH 1,064 10 - 20' 120-277††

ALED18 � 100W MH 70-100W MH 2,044 10 - 25' 120-277††

ALED20  50W MH 35-70W MH 1,401 10 - 25' 120-277††

ALED26 � 150W MH 120-150W MH 2,662 15 - 25' 120-277†† 
 ALED4T50* � 200W MH 70-200W MH 7,195 25 - 35' 120-277††

ALED52 � 200W MH 150-200W MH 5,896 25 - 35' 120-277††

ALED5T26 � 150W MH 120-150W MH 2,748 8 - 12’ 120-277 †† 
ALED5T52 � 175W MH 120-175W MH 4,877 8 - 12' 120-277 †† 
ALED80 � 250W MH 150-250W MH 8,114 20 - 35' 120-277††

 ALED4T78* � 250W MH 200-400W MH 10,157 25 - 35' 120-277††

ALED5T78  250W MH 150-250W MH 7,021 8 - 18' 120-277††

ALED104 � 400W MH 200-400W MH 13,129 20 - 30' 120-277††

ALED5S78 � 250W MH 200-400W MH 8,368 15 - 25’ 120-277†† 
ALED5S150  400W MH 320-400W MH 14,288 15 - 25' 120-277††  
ALED4T105* � 320W MH 320-400W MH 13,680 25 - 35' 120-277††

ALED4T125* � 350W MH 350-400W MH 16,328 25 - 35' 120-277††

ALED4T150* � 400W MH 350-400W MH 18,464 25 - 35' 120-277 †† 
ALED2T260* � 750W MH 400-750W MH 27,992 25 - 35' 120-277††

ALED4T360* � 1000W MH 750-1,000W MH 37,366 25 - 35' 120-277††

LOT3T65/D10* � 150W MH 120-150W MH 7,264 15 - 25' 120-277††

LOT3T110/D10* � 250W MH 200-400W MH 12,807 25 - 35' 120-277††

LOT3T160/D10* � 400W MH 350-400W MH 18,170 25 - 35' 120-277††

YBLED26  150W HPS 175W MV, 120-150W HPS 2,689 15 - 25' 120-277††

RWLED4T50* � 200W MH 70-200W MH 7,517 25 - 35' 120-277†† 
 RWLED4T78* � 250W MH 200-400W MH 10,157 25 - 35' 120-277††

RWLED4T105* � 320W MH 320-400W MH 13,680 25 - 35' 120-277††

RWLED4T125* � 350W MH 350-400W MH 16,328 25 - 35' 120-277††

RWLED4T150* � 400W MH 350-400W MH 18,464 25 - 35' 120-277††  
TBLED3T32RG/D10* � 70W MH, 50W HPS 70W MH, 50W HPS 3,743 20 - 35' 120-277††

TBLED3T48RG/D10* � 100W MH, 70W HPS 100W MH, 70W HPS 5,426 20 - 35' 120-277††

TBLED3T64RG/D10* � 175W MH, 100W HPS 175W MH, 100W HPS 7,354 20 - 35' 120-277†† 
 TBLED3T95RG/D10* � 250W MH, 150W HPS 250W MH, 150W HPS 10,955 20 - 35' 120-277††

TBLED3T150RG/D10* � 400W MH 400W MH 16,073 20 - 35' 120-277††

Area lights

Roadway

HAZAISLED78W  250W MH 150-250W MH 6,322 15 - 25' 120-277††

HAZBAYLED78W  250W MH 150-250W MH 7,463 15 - 25' 120-277††

HAZBAYLED104W  320W MH 250-320W MH 10,375 15 - 25' 120-277†† 
HAZFFLED26  100W MH 70-100W MH 4,131 8 - 15' 120-277†† 
HAZFFLED39  150W MH 120-175W MH 5,666 10 - 20' 120-277††

HAZFFLED52  175W MH 150-175W MH 6,935 10 - 20' 120-277††  
HAZXLED26DG  70W MH/100W Incan. 70W MH/100W Incan. 2,878 8 - 16' 120-277††

HAZPLED26DG  70W MH/100W Incan. 70W MH/100W Incan. 2,878 8 - 16' 120-277††

HAZBLED26DG  70W MH/100W Incan. 70W MH/100W Incan. 2,878 8 - 16' 120-277††

HAZXLED42DG  100W MH/175W Incan. 100W MH/175W Incan. 3,810 8 - 16' 120-277††

HAZPLED42DG  100W MH/175W Incan. 100W MH/175W Incan. 3,810 8 - 16' 120-277††

HAZBLED42DG  100W MH/175W Incan. 100W MH/175W Incan. 3,810 8 - 16' 120-277†† 

HAZXLED80DG  150W MH 100-150W MH 8,837 8 - 16’ 120-277††

HAZPLED80DG  150W MH 100-150W MH 8,837 8 - 16’ 120-277††

HAZBLED80DG  150W MH 100-150W MH 8,837 8 - 16’ 120-277††

Hazardous 
 lights


