
CC15 

Cat.  
No. 

Description 
Delivered  
Lumens 

Dimensions (Inches) Weight 
(Lbs) 

Case  
Qty A B C 

50 Watt (Replaces 150W Metal Halide) 

71500 50 Watt Fixture Body (Reflector Sold Separately) 4,547 5-1/4 6-1/4 7-3/4 6 6 

71501 60o Aluminum Reflector for 71500 Lo-Bay Fixture  13-1/4 6-1/4 12-1/2 1 10 - 

71502 120o Aluminum Reflector for 71500 Lo-Bay Fixture  10-1/2 6-1/4 15-3/4 1 10 - 

71503 12"  Polycarbonate Prismatic Reflector for 71500 Lo-Bay Fixture  11-1/2 6-1/4 12-1/4 1 8 - 

100 Watt (Replaces 400W Metal Halide) 

71505 100 Watt Fixture Body (Reflector Sold Separately) 10,186 7 6-1/2 8-1/8 9 4 

71506 60o Aluminum Reflector for 71505 Lo-Bay Fixture  14-3/4 6-1/2 12-3/8 1 10 - 

71507 120o Aluminum Reflector for 71505 Lo-Bay Fixture  20-7/8 6-1/2 11 1 10 - 

71508 16"  Polycarbonate Prismatic Reflector for 71505 & 71510 Fixtures  16-1/8 7-1/8 17-3/4 1 8 - 

150 Watt (Replaces 600W Metal Halide) 

71510* 150 Watt Fixture Body (Reflector Sold Separately) 14,671 8-1/2 7-1/8 8-3/4 13 4 

71511 60o Aluminum Reflector for 71510 Hi-Bay Fixture  16-1/2 7-1/8 13-1/2 1 10 - 

71512 120o Aluminum Reflector for 71510 Hi-Bay Fixture  20-7/8 7-1/8 11-1/4 1 10 - 

71508 16"  Polycarbonate Prismatic Reflector for 71505 & 71510 Fixtures  16-1/8 7-1/8 17-3/4 1 8 - 

220 Watt (Replaces 750W Metal Halide) 

71514* 220 Watt Fixture Body (Reflector Sold Separately) 24,086 12-1/2 6-3/4 - 28 1 

71515 90o Aluminum Reflector for 71514 Hi-Bay Fixture  16-3/4 6-3/4 13-1/4 1 10 - 

 Voltage: 120/208/240/277 VAC 
 Color Temperature: 5000K Cool White 
 CRI: 84 
 Light Pattern: 60°

 
- 120°

 
Beam Spread  

 Power Factor: 0.97 
 IP65 (NEMA 4X) Dust & Water Tight 
 cULus listed for Wet Locations 
 DLC Listed 
 5 Year Warranty 
 150 & 220 Watt are Dimmable 

 Phillips LUMILED LUXEON 3030 LEDs 
 TOWIN Driver 
 Integral Cooling Fin Releases Heat Efficiently to 

Maintain the Life of LEDs & LED Driver 
 Corrosion Resistant Die Cast Aluminum Housing 
 Superior Architectural Bronze Powder Coat Finish 
 Stainless Steel Hardware 
 Eye-Hook Mount  
 150W thru 220W are Dimmable 
 Operation Temperature: -40°F to 131°F 
 50,000+ Hour LED Life Expectancy 

Classic Low-Bays/Hi-Bay  LED Series 

Reflectors Sold Separately  
(Installation must include Reflector for DLC Listing) 

*Dimmable 

*Dimmable 


