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The Voltec T-BOX™ is made with the highest quality
components to withstand rugged environments and exposure.

Six(6) auto reset GFCI 

modules and Six (6)Circuit 

Breakers protect Six(6)

20 Amp Receptacles

Three(3) auto reset

GFCI modules and three(3)

Circuit Breakers protect Six 

(6) 20 Amp Receptacles

09-00675 - Locking

09-0T676 - U-Ground T-Slot

09-00375 - Locking

09-0T376 - U-Ground T-Slot

Temporary Power Cords

50AMP Wiring Devices

-­ NEMA 3R -­ for outdoor  

 use, wet & damp locations

-­ Six(6) 20 Amp Circuit

 Breaker protected outlets

-­ Circuit Breaker protected     

 30 Amp 250V Receptacle

-­ 50 Amp Inlet and Outlet  

 recessed for safety

-­ Circuit breaker Protection  

 for All outlets

-­ Weatherproof covers on  

 all outlets, inlets and  

 circuit breaker panel

-­ Repair parts available

-­ Repair service available

™

TEMPORARY POWERTEMPORARY POWER

  POWER & LIGHTING

12-00242 - 50AMP Plug

12-00243 - 50AMP Receptacle

We offer heavy-duty power cords 

featuring 50 Amp plugs and connectors.

See back of  brochure for details.



OPTIONAL

Applications

Extension Cords

Lighting

Specialty Products

Emergency

Response Cord

50Amp, 6/3-8/1 - STOW

Construction
Sites

Entertainment
Industry

Fairs
Carnivals

Party
RentalStadiums

Convention
Centers

Y Adapter

50Amp, 6/3-8/1 - STOW

  POWER & LIGHTING

125V, 15 Amp U-Ground

125V, 20 Amp Locking

250 Volt

30Amp Locking

10/3 - SEOW

Power Up

Any Where    Any JOBAny Where    Any JOB

Lock Cords Together



06-00180 50ft 10/3 SEOW L6-30P  L6-30R  30Amp 7500 1 14.99lb .009 00370-8

06-00181 100ft 10/3 SEOW L6-30P  L6-30R  25Amp 6250 1 29.10lb .019 00371-5

Part Cord  Wire Plug/Recept    Power  Rating  Shipping  UPC

Number Length Gauge Type Type Approval AMPS WATTS QTY Weight CUBE 8-03058-

250V UTILITY CORD with LOCKING CONNECTOR

09-00214 50ft 6/3, 8/1 STOW 50Amp  50Amp   50Amp 12500 1 33.00lb 1.00 00214-5

09-00215 100ft 6/3-8/1 STOW 50Amp  50Amp   40Amp 10000 1 65.00lb 1.58 00215-2

09-00431 50ft 6/3, 8/1 SEOW 50Amp  50Amp   50Amp 12500 1 32.45lb 0.93 00431-6

09-00432 100ft 6/3-8/1 SEOW 50Amp  50Amp   40Amp 10000 1 62.40lb 1.58 00432-3

Part Cord  Wire Plug/Receptacle Type       Power  Rating  Shipping  UPC

Number Length Gauge Type    AMPS WATTS QTY Weight CUBE 8-03058-

TEMPORARY POWER CORDS

09-00435 2ft 6/3, 8/1 STOW 50Amp   50Amp   50Amp 12500 1 7lb .69 00435-4

09-00436 2ft 6/3, 8/1 STOW 14-50P  50Amp  50Amp 12500 6 15lb .71 00436-8 

Part Cord  Wire Plug/Receptacle Type       Power  Rating  Shipping  UPC

Number Length Gauge Type   AMPS WATTS QTY Weight CUBE 8-03058-

TEMPORARY POWER ADAPTERS

09-00375 Locking
  50Amp 3 CB 6  L5-20R  Yes Yes 

1 29.90lb 2.85 00375-3
   125/250 Volt 3 GFCI 1  L6-30R  No Yes

09-0T376 U-Grd T-Slot
 50Amp 3 CB 6  5-20R  Yes Yes 

1 29.55lb 2.85 00376-0
   125/250 Volt 3 GFCI 1  L6-30R  No Yes

09-00675 Locking
  50Amp 6 CB 6  L5-20R  Yes Yes 

1 39.00lb 4.24 00373-9
   125/250 Volt 6 GFCI 1  L6-30R  No Yes

09-0T676 U-Grd T-Slot
 50Amp 6 CB 6  5-20R  Yes Yes 

1 38.65lb 4.24 00374-6
   125/250 Volt 6 GFCI 1  L6-30R  No Yes

Part   Power Circuit Breaker Receptacle            CIRCUIT BREAKER              Shipping  UPC

Number Description  Inlet/Outlet & GFCI Qty     Type Approval GFCI        PROTECTED QTY Weight CUBE 8-03058-

TEMPORARY POWER BOX’s - SINGLE PHASE

TR09-01261 Roof  for T-BOX

TR09-01269 Legs for T-BOX

Replacement PN#s for (6)  GFC I  T-BOX Replacement PN#s for (3)  GFC I  T-BOX

TR09-01201 Roof  for T-BOX

TR09-01209 Legs for T-BOX

Clear Circuit Breaker Cover
30 Amp Rec.

(NO GFCI)
GFCI 20 Amp Rec.

GFCI 20 Amp Rec.

GFCI 20 Amp Rec.

GFCI
20 Amp

Rec.

50 Amp
Outlet

50 Amp Inlet

Part No. Description (Common to both Box’s)

REPLACEMENT PARTS
Repair Center
in Chino, California
Call 866-486-5832

BCB20ASP 20 AMP Single Pole Circuit Breaker

BCB30ADP 30 AMP Double Pole Circuit Breaker

12-00367V 250V L6-30R Receptacle

12-00368V 50 Amp Inlet Receptacle

12-00369V 50 Amp Outlet Receptacle

12-00242V 50 Amp Outlet Plug

12-00243V 50 Amp Outlet Connector

12-00366V L5-20R Receptacles

12-00434V 5-20R Receptacles

TR09-01204 Plastic “OUT” 50Amp Cover

TR09-01205 Plastic “IN” 50Amp Cover

TR09-01206 Plastic “30Amp” Outlet Cover

TR09-01207 Plastic “20Amp” Outlet Cover

TR09-01263 GFCI - Auto Reset

12-00242 50Amp  Plug  00242-8

12-00243 50Amp  Receptacles 00243-5

WIRING DEVICES UPC

8-03058-
Approval

  POWER & LIGHTING


