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Energy Saving Compact Fluorescent Lamps

ECObulb® PLUS LAMPS ARE ALL ROHS COMPLIANT, EARTH-FRIENDLY ALTERNATIVES TO STANDARD CFLS. THEY CONTAIN REDUCED AMOUNTS OF MERCURY, LEAD,
CADMIUM, HEXAVALENT CHROMIUM AND POLYBROMINATED BIPHENYLS COMPARED WITH STANDARD CFLS.

ECObulb® PLUS TWISTS

ITEM NUMBER INCAND. REPLACEMENT | WATTS | COLOR TEMP. DESCRIPTION MoL LUMENS LIFEHRS. | PACK
ESLATM/ECO 25w 4 2700°K Mini Twist 41" 250 10000 12
ESLITM/ECO 40w 9 2700°K Mini Twist 4.3" 600 8000 12
ESL13T/ECO 60w 13 2700°K Mini Twist 4.3" 900 10000 12
ESL13T/ECO/41K 60w 13 4100°K Mini Twist 4.3" 900 10000 12
ESL18TM/ECO 75w 18 2700°K Mini Twist 4.6" 1100 10000 12
ESL18TM/ECO/41K 75w 18 4100°K Mini Twist 4.6" 1100 10000 12
ESL23TM/ECO 100w 23 2700°K Mini Twist 4.8" 1600 10000 12
ESL23TM/ECO/41K 100w 23 4100°K Mini Twist 4.8" 1600 10000 12
ESL25TM/ECO 100w 25 2700°K Mini Twist 5.0" 1800 10000 12
ESL25TM/ECO/41K 100w 25 4100°K Mini Twist 5.0" 1800 10000 12
ESL30T/ECO 125w 30 2700°K Mini Twist 51" 2050 8000 12
ESL30T/ECO/41K 125w 30 4100°K Mini Twist 51" 2050 8000 12
ESL40T/ECO 200w 42 2700°K Twist 6.9" 2800 8000 12
ESL40T/ECO/41K 200w 42 4100°K Twist 6.9" 2800 8000 12
ESL30/100T/ECO 30-70-100w 13/20/25 2700°K Three-Way Twist 5.8" 700/1150/1600 8000 12
ESL50/150T/ECO 50-100-150w 12/21/32 2700°K Three-Way Twist 51" 600/1500/2200 | 10000 12
ECObulb® PLUS “A” SHAPE

ITEM NUMBER INCAND. REPLACEMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFEHRS. | PACK
ESLOAECO 40w 9 2700°K Covered “A” Shape Mini 45" 520 8000 12
ESL16AT/ECO 60w 15 2700°K Covered “A” Shape 4.9" 800 8000 12
ESL20AT/ECO 75w 18 2700°K Covered “A” Shape 5.6" 1100 8000 12
ESL23AT/ECO 100w 23 2700°K Covered “A” Shape 5.8" 1480 8000 12
ECObulb® PLUS GLOBES

ITEM NUMBER INCAND. REPLACEMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFEHRS. | PACK
ESL11GTMM/ECO 40w 1 2700°K G25 Globe (3.0" Diameter) 4.25" 560 8000 12
ESL12GTMM/ECO 60w 12 2700°K G25 Globe (3.0" Diameter) 4.25" 640 8000 12
ESL15GT/ECO 60w 15 2700°K Globe (3.5" Diameter) 6.2" 800 8000 12
ECObulb® PLUS REFLECTORS

ITEM NUMBER INCAND. REPLACEMENT | WATTS | COLOR TEMP. DESCRIPTION MoL LUMENS LIFEHRS. | PACK
ESL11R20TM/ECO 50w i 2700°K R20 Reflector (2.5" Diameter) 4.6" 430 8000 12
ESL15BR30/ECO 65w 15 2700°K BR30 Reflector (3.75" Diameter) 513" 750 10000 12
ESL15BR30/ECO/41K 65w 15 4100°K BR30 Reflector (3.75" Diameter) 5.3" 750 10000 12
ESL18R40H/ECO 75w 18 2700°K BR40 Reflector (5.0" Diameter) 6.3" 950 10000 12
ESL18R40H/ECO/41K 75w 18 4100°K BR40 Reflector (5.0" Diameter) 6.3" 950 10000 12
ESL18PAR38H/ECO 75w 18 2700°K PAR38 Reflector (4.75" Diameter) 5.8" 950 10000 12
ESL23R40H/ECO 120w 23 2700°K BR40 Reflector (5.0" Diameter) 6.3" 1300 10000 12
ESL23R40H/ECO/41K 120w 23 4100°K BR40 Reflector (5.0" Diameter) 6.3" 1300 8000 12
ESL23PAR38H/ECO 120w 23 2700°K PAR38 Reflector (4.75" Diameter) 5.8" 1300 10000 12
ECObulb® PLUS HARD GLASS REFLECTORS

ITEM NUMBER INCAND. REPLACEMENT | WATTS | COLOR TEMP. DESCRIPTION MoL LUMENS LIFEHRS. | PACK
ESLIPAR20/ECO * 50w 9 3500°K PAR20 Reflector (2.5" Diameter) 3.5" 330 10000 12
ESL13PAR30L/ECO 65w 15 3500°K PAR30 Long Neck Reflector (3.75" Diameter) 4.5" 600 10000 12
ESLQ23PAR38/ECO 90w 23 3500°K PAR38 Reflector (4.75" Diameter) 5.1" 1000 10000 12

NOTE: Most lamps available in single

and multi-pack options.

Product available in blister pack only.
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ECOb“|b® Energy Saving Compact Fluorescent Lamps

TWISTS

ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFEHRS. | PACK
ESLITMM 40w 9 2700°K Mini Twist 4.3" 600 8000 12
ESLITM/D 40w 9 6500°K Mini Twist 43" 580 8000 12
ESL11T * 50w 11 2700°K Mini Twist 4.3" 660 8000 12
ESL13T 60w 13 2700°K Mini Twist 43" 800 8000 12
ESL13T/CW 60w 13 4100°K Mini Twist 4.3" 800 8000 12
ESL13T/CW/MP/12 60w 13 4100°K Mini Twist Maintenance 12-pack 4.3" 800 8000 12
ESL13T/D 60w 13 6500°K Mini Twist 4.3" 800 8000 12
ESL13T/MAR-12 60w 13 2700°K 12 Volt Marine/RV Mini Twist 4.4" 600 8000 12
ESL13TC/2 T 60w 13 2700°K Candelabra Base Mini Twist 2-pack 4.3" 800 8000 12
ESL13TN/2 60w 13 2700°K Intermediate Base Mini Twist 2-pack 43" 800 8000 12
ESL14TM 60w 14 2700°K Mini Twist 4.4" 900 10000 12
ESL14T2/2 60w 13 2700°K T2 Mini Twist 2-pack 3.7" 900 10000 12
ESL15T T 60w 15 2700°K Twist 4.5" 900 8000 12
ESL18TM 75w 18 2700°K Mini Twist 4.6" 1100 8000 12
ESL18TM/CW 75w 18 4100°K Mini Twist 4.6" 1100 8000 12
ESL18TM/D 75w 18 6500°K Mini Twist 4.6" 1100 8000 12
ESL20T 75w 20 2700°K Twist 5.4" 1200 8000 12
ESL23TM 100w 23 2700°K Mini Twist 4.8" 1600 8000 12
ESL23TMM/CW 100w 23 4100°K Mini Twist 4.8" 1600 8000 12
ESL23TM/D 100w 23 6500°K Mini Twist 4.8" 1600 8000 12
ESL25TM 100w 25 2700°K Mini Twist 5.0" 1800 8000 12
ESL25TA T 100w 25 2700°K Twist 6.2" 1536 8000 12
ESL30T 125w 30 2700°K Mini Twist 5.1" 2050 8000 12
ESL40TN * 200w 40 2700°K Twist 6.9" 2800 8000 12
ESL40TN/D 200w 40 6500°K Twist 6.9" 2600 8000 12
ESL65TN 300w 65 2700°K Twist 10.5" 3900 8000 12
ESL30/100T 30-70-100w 13/20/25 2700°K Three-Way Twist 5.8" 700/1150/1600 8000 12
ESL50/150T 50-100-150w 12/21/32 2700°K Three-Way Twist 51" 600/1500/2200 | 10000 12
DIMMABLE TWISTS

ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL15T/DM 60w 15 2700°K Dimmable Twist 4.8" 1100 8000 12
ESL23T/DM 100w 23 2700°K Dimmable Twist 51" 1600 8000 12
COLOR TWISTS

ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFEHRS. | PACK
ESL13T/B ' 60w 13 - Blue Mini Twist 4.7" 8000 12
ESL15T/BLB * 60w 13 Blacklight Blue Mini Twist 4.7" - 8000 12
ESL13T/BUG 60w 13 - Yellow Bug Light Mini Twist 4.7" 8000 12
ESL13T/G 60w 13 Green Mini Twist 4.7" - 8000 12
ESL13T/0 * 60w 13 - Orange Mini Twist 4.7" 8000 12
ESL13T/R ! 60w 13 Red Mini Twist 4.7" - 8000 12
TUFF KOTE TWISTS

ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL13T/TF 60w 13 2700°K Tuff Kote Mini Twist 4.4" 8000 12
ESL23TM/TF 100w 23 2700°K Tuff Kote Mini Twist 4.8" - 8000 12
GU24

ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MoL LUMENS LIFE HRS. | PACK
ESL13T/GU24 60w 13 2700°K GU24 Base Mini Twist 3.3" 900 10000 12
ESL18TM/GU24 75w 18 2700°K GU24 Base Mini Twist 4.0" 1100 10000 12
ESL23TM/GU24 100w 23 2700°K GU24 Base Mini Twist 4.2" 1600 10000 12
ESL25TM/GU24 100w 25 2700°K GU24 Base Mini Twist 5.0" 1800 10000 12
ESL40T/GU24 200w 40 2700°K GU24 Base Mini Twist 6.7" 2600 10000 12
ESL15AT/GU24 60w 15 2700°K GU24 Base Covered “A” Shape 43" 800 10000 12
ESL15BR30/GU24 60w 15 2700°K GU24 Base BR30 Reflector (3.75" Diameter) 4.8" 750 10000 12

NOTE: Most lamps available in single and multi-pack options.

Product available in blister pack only.
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ENERGY

ECOb“|b® Energy Saving Compact Fluorescent Lamps

L&é‘t"lé
“A” SHAPE
ITEM NUMBER INCAND. REPLACMENT | WATTS |COLOR TEMP. DESCRIPTION MoL LUMENS LIFEHRS. | PACK
ESL5A * 25w 5 2700°K Covered “A” Shape 4.3" 220 8000 12
ESL7A/CF 40w 7 2700°K Covered “A15” Shape 2-Pack 35" 300 8000 12
ESL9ATM 40w 9 2700°K Covered “A” Shape Mini 4.5" 520 8000 12
ESL15ATMM f 60w 15 2700°K Covered “A” Shape Mini 4.8" 800 8000 12
ESL16AT 60w 15 2700°K Covered “A” Shape 4.9" 800 8000 12
ESL20AT 75w 18 2700°K Covered “A” Shape 5.6" 1000 8000 12
ESL23AT 100w 23 2700°K Covered “A” Shape 5.8" 1480 8000 12
GLOBES
ITEM NUMBER INCAND. REPLACMENT | WATTS |COLOR TEMP. DESCRIPTION MoL LUMENS LIFEHRS. | PACK
ESL5G * 25w 5 2700°K Mini Globe Medium Base (1.8" Diameter) 2.8" 200 8000 12
ESLOG T 40w 9 2700°K Mini Globe Cand/Med Base (2.5" Diameter) 3.7" 325 8000 12
ESLT1GTMM T 40w 11 2700°K G25 Globe (3.0" Diameter) 4.2" 550 8000 12
REFLECTORS
ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL11R20TM * 50w 11 2700°K R20 Reflector (2.5" Diameter) 4.6" 430 8000 12
ESL11R20TM/CW 50w 11 4100°K R20 Reflector (2.5" Diameter) 4.6" 430 8000 12
ESL15R30TMM * 65w 15 2700°K BR30 Reflector Mini (3.75" Diameter) 5.3" 750 8000 12
ESL15BR30 65w 15 2700°K BR30 Reflector (3.75" Diameter) 53 750 8000 12
ESL15BR30/CW 65w 15 4100°K BR30 Reflector (3.75" Diameter) 5.3" 750 8000 12
ESL18R40T ' 75w 18 2700°K BR40 Reflector (5.0" Diameter) 6.3" 950 8000 12
ESL23R40T * 120w 23 2700°K BR40 Reflector (5.0" Diameter) 6.3" 1300 8000 12
ESL23R40H/CW 120w 23 4100°K BR40 Reflector (5.0" Diameter) 6.3" 1300 8000 12
ESL18PAR38T ' 75w 18 2700°K PAR38 Reflector (4.75" Diameter) 5.8" 950 8000 12
ESL20PAR38 ' 90w 20 3500°K PAR38 Reflector (4.75" Diameter) 51" 1000 10000 12
ESL23PAR38T ' 120w 23 2700°K PAR38 Reflector (4.75" Diameter) 5.8" 1300 8000 12
DIMMABLE REFLECTOR
ITEM NUMBER INCAND. REPLACMENT WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL15R30/DM 65w 15 2700°K BR30 Dimmable Reflector (3.75" Diameter) 5.6" 720 8000 12
COLOR REFLECTORS
ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL23PAR38T/R * 100w 20 - Red PAR38 Reflector (4.75" Diameter) 51" 8000 12
ESL23PAR38T/G T 100w 20 Green PAR38 Reflector (4.75" Diameter) 51" - 8000 12
ESL23PAR38T/B * 100w 20 - Blue PAR38 Reflector (4.75" Diameter) 51" 8000 12
ESL23PAR38T/BUG ' 100w 20 Yellow Bug PAR38 Reflector (4.75" Diameter) 51" 8000 12
MR16
ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESLEXN * 20w 5 3500°K GX5.3 Base 12 Volt MR16 2.0" 160 10000 12
ESL9/GU10 T 50w 7 3500°K GU10 Base 120 Volt MR16 3.1" 230 8000 12
DECORATIVE
ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. | PACK
ESL3C ' 15-25w 3 2700°K Torpedo Tip Chandelier Cand/Med Base 4.2" 120 8000 12
ESL7C T 40w 7 2700°K Torpedo Tip Chandelier Cand/Med Base 4.8" 280 8000 12
ESL12Ct 50w 12 2700°K Lantern Torpedo 5.4" 450 8000 12
ESL7T10/D * 40w 7 6500°K T10 Tubular 6.3" 330 8000 12
ESL15CA 60w 15 2700°K Covered Cylinder 5.5" 800 8000 12
TRIPLE & QUAD TUBES
ITEM NUMBER INCAND. REPLACMENT | WATTS | COLOR TEMP. DESCRIPTION MOL LUMENS LIFEHRS. | PACK
ESL315 T 60w 15 2700°K Triple Tube 6.0" 1000 8000 12
ESL320 * 75w 22 2700°K Triple Tube 6.2" 1320 8000 12
ESL325 T 100w 24 2700°K Triple Tube 6.5" 1440 8000 12
ESL32 150w 32 2700°K Quad Tube 6.9" 2000 10000 12
ESL40 T 200w 40 2700°K Quad Tube 7.3" 2400 10000 12

NOTE: Most lamps available in single and multi-pack options.

T Product available in blister pack only.
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COM PACT FI.UORESCE NT Replacement Lamps

2-PINTWIN TUBES

ITEM NUMBER WATTS | COLOR TEMP. | TYPE DESCRIPTION MOoL BASE LUMENS LIFE HRS. PACK
PL5 5 2700°K T4 Compact Fluorescent 42" G23 2-Pin 230 10000 10/50
PL5/35 5 3500°K T4 Compact Fluorescent 4.2" G23 2-Pin 230 10000 10/50
PL5/41 5 4100°K T4 Compact Fluorescent 4.2" (23 2-Pin 230 10000 10/50
PL7 7 2700°K T4 Compact Fluorescent 5.8 (23 2-Pin 400 10000 10/50
PL7/35 7 3500°K T4 Compact Fluorescent 53" G23 2-Pin 400 10000 10/50
PL7/41 7 4100°K T4 Compact Fluorescent 5.8 (23 2-Pin 400 10000 10/50
PL9 9 2700°K T4 Compact Fluorescent 6.5" (23 2-Pin 580 10000 10/50
PL9/35 9 3500°K T4 Compact Fluorescent 6.5" G23 2-Pin 580 10000 10/50
PLY/41 9 4100°K T4 Compact Fluorescent 6.5" G23 2-Pin 580 10000 10/50
PL13 13 2700°K T4 Compact Fluorescent 7.0" GX23 2-Pin 800 10000 10/50
PL13/35 13 3500°K T4 Compact Fluorescent 7.0" GX23 2-Pin 800 10000 10/50
PL13/41 13 4100°K T4 Compact Fluorescent 7.0" GX23 2-Pin 800 10000 10/50

2-PIN QUAD TUBES

ITEM NUMBER WATTS | COLOR TEMP. | TYPE DESCRIPTION MOL BASE LUMENS LIFE HRS. PACK
PLD9 9 2700°K T4 Quad Compact Fluorescent 43" G23-2 2-Pin 525 10000 10/50
PLD13 13 2700°K T4 Quad Compact Fluorescent 4.6" GX23-2 2-Pin 780 10000 10/50
PLD13/35 13 3500°K T4 Quad Compact Fluorescent 4.6" GX23-2 2-Pin 780 10000 10/50
PLD13/41 13 4100°K T4 Quad Compact Fluorescent 4.6" GX23-2 2-Pin 780 10000 10/50
PLD18 18 2700°K T4 Quad Compact Fluorescent 6.0" G24d-2 2-Pin 1100 10000 10/50
PLD18/35 18 3500°K T4 Quad Compact Fluorescent 6.0" G24d-2 2-Pin 1100 10000 10/50
PLD18/41 18 4100°K T4 Quad Compact Fluorescent 6.0" G24d-2 2-Pin 1100 10000 10/50
PLD22 22 2700°K T4 Quad Compact Fluorescent 6.1" (GX32d-2 2-Pin 1200 10000 10/50
PLD22/41 22 4100°K T4 Quad Compact Fluorescent 6.1" GX32d-2 2-Pin 1200 10000 10/50
PLD26 26 2700°K T4 Quad Compact Fluorescent 6.8" (G24d-3 2-Pin 1600 10000 10/50
PLD26/35 26 3500°K T4 Quad Compact Fluorescent 6.8" (G24d-3 2-Pin 1600 10000 10/50
PLD26/41 26 4100°K T4 Quad Compact Fluorescent 6.8" G24d-3 2-Pin 1600 10000 10/50
PLD28 28 2700°K T4 Quad Compact Fluorescent 6.1" (GX32d-3 2-Pin 1600 10000 10/50
PLD28/41 28 4100°K T4 Quad Compact Fluorescent 6.1" GX32d-3 2-Pin 1600 10000 10/50

4-PIN QUAD TUBES

ITEM NUMBER WATTS | COLOR TEMP. | TYPE DESCRIPTION MoL BASE LUMENS LIFE HRS. PACK
PLD13E 13 2700°K T4 Quad Electronic Compact Fluorescent 52" G24q9-1 4-Pin 900 10000 10/50
PLD13E/35 13 3500°K T4 Quad Electronic Compact Fluorescent 52" G24q-1 4-Pin 900 10000 10/50
PLD13E/41 13 4100°K T4 Quad Electronic Compact Fluorescent 52" G24q-1 4-Pin 900 10000 10/50
PLD18E 18 2700°K T4 Quad Electronic Compact Fluorescent 6.2" G24q-2 4-Pin 1250 10000 10/50
PLD18E/35 18 3500°K T4 Quad Electronic Compact Fluorescent 6.2" G24q-2 4-Pin 1250 10000 10/50
PLD18E/41 18 4100°%K T4 Quad Electronic Compact Fluorescent 6.2" G24g-2 4-Pin 1250 10000 10/50
PLD26E 26 2700°K T4 Quad Electronic Compact Fluorescent 6.5" G24q9-3 4-Pin 1825 10000 10/50
PLD26E/35 26 3500%K T4 Quad Electronic Compact Fluorescent 6.5" G24q9-3 4-Pin 1825 10000 10/50
PLD26E/41 26 4100°K T4 Quad Electronic Compact Fluorescent 6.5" G24g-3 4-Pin 1825 10000 10/50
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COM PACT FI.UORESCE NT Replacement Lamps

4-PIN TRIPLE TUBES

ITEM NUMBER WATTS | COLOR TEMP. | TYPE DESCRIPTION MoL BASE LUMENS LIFE HRS. PACK
PLT18E 18 2700°K T4 Triple Tube Electronic Fluorescent 4.6" GX24q-2 4-Pin 1200 10000 10/50
PLT18E/35 18 3500°K T4 Triple Tube Electronic Fluorescent 4.6" GX24q-2 4-Pin 1200 10000 10/50
PLT18E/41 18 4100°K T4 Triple Tube Electronic Fluorescent 4.6" GX24q-2 4-Pin 1200 10000 10/50
PLT26E 26 2700°K T4 Triple Tube Electronic Fluorescent 52" GX24q-3 4-Pin 1600 10000 10/50
PLT26E/35 26 3500°K T4 Triple Tube Electronic Fluorescent 52" GX24q9-3 4-Pin 1600 10000 10/50
PLT26E/41 26 4100°K T4 Triple Tube Electronic Fluorescent 52" GX24q-3 4-Pin 1600 10000 10/50
PLT32E 32 2700°K T4 Triple Tube Electronic Fluorescent 5.8" GX24q9-3 4-Pin 2030 10000 10/50
PLT32E/35 32 3500°K T4 Triple Tube Electronic Fluorescent 5.8" GX24q-3 4-Pin 2030 10000 10/50
PLT32E/41 32 4100°K T4 Triple Tube Electronic Fluorescent 5.8" GX24q-3 4-Pin 2030 10000 10/50
PLT42E 42 2700°K T4 Triple Tube Electronic Fluorescent 6.6" GX24qg-4 4-Pin 2850 10000 10/50
PLT42E/35 42 3500°K T4 Triple Tube Electronic Fluorescent 6.6" GX24q-4 4-Pin 2850 10000 10/50
PLT42E/41 42 4100°K T4 Triple Tube Electronic Fluorescent 6.6" GX24q-4 4-Pin 2850 10000 10/50

SPECIALTY

ITEM NUMBER WATTS | COLOR TEMP. | TYPE DESCRIPTION MoL BASE LUMENS LIFE HRS. PACK
BPPL27F 27 3000°K T4 Electronic Fluorescent 59" GX10w-4 4-Pin 1825 10000 6/24
PL27F/41 27 4100°K T4 Electronic Fluorescent 5.9" GX10w-4 4-Pin 1825 10000 10/50
PL27F/5K 27 5000°K T4 Electronic Fluorescent 5.9" GX10w-4 4-Pin 1825 10000 10/50
PL27F/65K 27 6500°K T4 Electronic Fluorescent 5.9" GX10w-4 4-Pin 1825 10000 10/50
BPFML55/64 55 6400°K T4 Electronic Fluorescent 8.5" GX10w-4 4-Pin 10000 6
BPFML65/65 65 6500°K T4 Electronic Fluorescent 98" GX10w-4 4-Pin 10000 6
PLL18/30 18 3000°K 15 Long Tube Compact Lamp 9.0" 2G11-4-Pin 1250 10000 10/50
PLL18/35 18 3500°K T5 Long Tube Compact Lamp 9.0" 2G11-4-Pin 1250 10000 10/50
BPPLL18/65 18 6500°K T5 Long Tube Compact Lamp 9.0" 2G11-4-Pin 1250 10000 6/24
PLL40/30 40 3000°K T5 Long Tube Compact Lamp 22.5" 2G11-4-Pin 3150 18000 10/50
PLL40/35 40 3500°K T5 Long Tube Compact Lamp 22.5" 2G11-4-Pin 3150 18000 10/50
PLL40/41 40 4100°K T5 Long Tube Compact Lamp 22.5" 2G11-4-Pin 3150 18000 10/50
PLSP13E 13 2700°K T3 Twist Electronic Fluorescent 3.8" GX24q-1 4-Pin 800 8000 10/50
PLSP26E 26 2700°K T3 Twist Electronic Fluorescent 4.7" GX24q-3 4-Pin 1600 8000 10/50
PLS26BR40/27K 26 2700°K BR40 BR40 Electronic Reflector 6.0" GX24q9-3 4-Pin 10000 12
PLS26BR40/41K 26 4100°K BR40 BR40 Electronic Reflector 6.0" GX24q-3 4-Pin 10000 12
PLF65/65 65 6500°K T4 Electronic Fluorescent 8.75" Mogul 4550 10000 6
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Incandescent “A” Lamps

HOUSEHOLD

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION BASE FINISH LUMENS LIFE HRS.* | PACK
25A 25 120/130 A19 Economy Medium Frost 210 2000 120
25A/XL 25 130 A19 Extra Long Life, Brass Base Medium Frost 168 14000 120
38A™* 38 120 A19 Reduced Wattage Medium Frost 340 1000 120
38A/CL*™ 38 120 A19 Reduced Wattage Medium Clear 340 1000 120
3BA/W** 38 120 A19 Reduced Wattage Medium Soft White 310 1000 120
40A 40 120/130 A19 Economy Medium Frost 332 2000 120
40A/XL 40 130 A19 Extra Long Life, Brass Base Medium Frost 300 14000 120
40A/W 40 120 A19 Economy Medium Soft White 332 2000 120
40A/Y-130 40 130 A19 Yellow Bug Light Medium Yellow N/A 2800 120
57A* 57 120 A19 Reduced Wattage Medium Frost 760 1000 120
57A/CL*™ 57 120 A19 Reduced Wattage Medium Clear 760 1000 120
57TA/W** 57 120 A19 Reduced Wattage Medium Soft White 730 1000 120
60A 60 120/130 A19 Economy Medium Frost 600 2000 120
B60A/XL 60 130 A19 Extra Long Life, Brass Base Medium Frost 600 14000 120
60A/CL 60 120/130 A19 Economy Medium Clear 630 2000 120
60A/CL/XL 60 130 A19 Extra Long Life, Brass Base Medium Clear 600 14000 120
60A/W 60 120 A19 Economy Medium Soft White 600 2000 120
60A/Y-130 60 130 A19 Yellow Bug Light Medium Yellow N/A 2800 120
7T1A™ 71 120 A19 Reduced Wattage Medium Frost 1040 750 120
71A/CL*™ 71 120 A19 Reduced Wattage Medium Clear 1040 750 120
1AW 71 120 A19 Reduced Wattage Medium Soft White 1010 750 120
75A 75 120/130 A19 Economy Medium Frost 780 2000 120
75A/XL 75 130 A19 Extra Long Life, Brass Base Medium Frost 700 14000 120
75A/CL 75 120/130 A19 Economy Medium Clear 825 2000 120
75AW 75 120 A19 Economy Medium Soft White 780 2000 120
95A** 95 120 A19 Reduced Wattage Medium Frost 1520 750 120
95A/CL*™ 95 120 A19 Reduced Wattage Medium Clear 1520 750 120
95A/W** 95 120 A19 Reduced Wattage Medium Soft White 1490 750 120
100A 100 120/130 A19 Economy Medium Frost 1180 2000 120
100A/XL 100 130 A19 Extra Long Life, Brass Base Medium Frost 1050 14000 120
100A/CL 100 120/130 A19 Economy Medium Clear 1250 2000 120
100A/CL/XL 100 130 A19 Extra Long Life, Brass Base Medium Clear 1100 14000 120
100A/W 100 120 A19 Economy Medium Soft White 1180 2000 120
150A 150 120/130 A1 High Wattage Medium Frost 1700 5000 6/60
150A/CL 150 120/130 A21 High Wattage Medium Clear 1180 2000 6/60
200A 200 120/130 A1 High Wattage Medium Frost 2500 5000 6/72
200A/CL 200 120/130 A21 High Wattage Medium Clear 1700 5000 6/72
300M 300 120/130 PS25 High Wattage Medium Clear 3600 4000 6/60
300M/IF 300 120/130 PS25 High Wattage Medium Frost 3600 4000 6/60
300 300 120/130 PS35 High Wattage Mogul Clear 3600 5000 12/24
300/IF 300 120/130 PS35 High Wattage Mogul Frost 3600 5000 12/24
THREE-WAY

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION BASE FINISH LUMENS LIFEHRS. | PACK
30/100 30/70/100 120 A21 Three-Way Medium Soft White 280-680-960 2000 12
50/150 50/100/150 120 A21 Three-Way Medium Soft White 580-1250-1830 2000 12
50/250 50/200/250 120 A23 Three-Way Medium Soft White 580-2200-2500 2500 12
100/300 100/200/300 120 PS25 Three-Way Mogul Soft White 1250-2200-3000 2000 12

*Life hours shown at 120 volts. Lumens decreased by approximately 25% and wattage decreased by approximately 10% when 130 volt lamps are used on a 120 volt line.
**These lamps meet 2007 CEC Appliance Efficiency Regulations.
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DECADE® 10 YEAR GUARANTEED

“A” LAMPS

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION LUMENS BASE FINISH LIFE HRS. PACK

40A/25K 40 120 A19 Long Life Krypton Household 230 Medium Frost 25000 24/120
40A/CL/25K 40 120 A19 Long Life Krypton Household 230 Medium Clear 25000 24/120
60A/25K 60 120 A19 Long Life Krypton Household 510 Medium Frost 25000 24/120
60A/CL/25K 60 120 A19 Long Life Krypton Household 510 Medium Clear 25000 24/120
75A/25K 75 120 A19 Long Life Krypton Household 700 Medium Frost 25000 24/120
75A/CL/25K 75 120 A19 Long Life Krypton Household 700 Medium Clear 25000 24/120
100A/25K 100 120 A19 Long Life Krypton Household 1030 Medium Frost 25000 24/120
100A/CL/25K 100 120 A19 Long Life Krypton Household 1030 Medium Clear 25000 24/120
DECORATIVE & REFLECTOR

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION BASE FINISH LIFE HRS. PACK
25CFC/10K 25 120 CA8 Long Life Krypton Flame-Tip Candelabra Clear 10000 25/500
40CFC/10K 40 120 CA8 Long Life Krypton Flame-Tip Candelabra Clear 10000 25/500
60CFC/10K 60 120 CA8 Long Life Krypton Flame-Tip Candelabra Clear 10000 25/500
406G25/15K 40 120 G25 Long Life Globe Medium Clear 15000 6/24

40G25/W/15K 40 120 G25 Long Life Globe Medium White 15000 6/24

606G25/15K 60 120 G25 Long Life Globe Medium Clear 15000 6/24

60G25/W/15K 60 120 G25 Long Life Globe Medium White 15000 6/24

65BR30/FL/15K 65 120 BR30 Long Life Reflector, (3.75" Diameter) Medium Flood 15000 6/24

INDOOR LAMPS
ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFEHRS.* | PACK
40R14 40 120/130 R14 Mini Indoor Reflector 1-3/4" Medium Flood 2000 24/480
40R14N 40 120/130 R14N Mini Indoor Reflector 1-3/4" Intermediate Flood 2000 24/480
40R16 40 120/130 R16 Mini Indoor Reflector 2" Medium Flood 2000 24/288
30R20 30 120/130 R20 Small Indoor Reflector 2-1/2" Medium Flood 2000 25/200
45R20 45 120/130 R20 Small Indoor Reflector 2-1/2" Medium Flood 2000 25/200
65BR30/FL 65 120/130 BR30 Indoor Reflector 3-3/4" Medium Flood 2000 25/100
65BR30/SP 65 120/130 BR30 Indoor Reflector 3-3/4" Medium Spot 2000 25/100
65BR/FL 65 120/130 BR40 Indoor Reflector 5" Medium Flood 2000 12/60
65BR/SP 65 120/130 BR40 Indoor Reflector 5" Medium Spot 2000 12/60
COLOR LAMPS
ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFEHRS. | PACK
100PAR/A/1 100 120 PAR38 BR38 Amber Reflector 4-3/4" Medium Flood 2000 6/12
100PAR/B/1 100 120 PAR38 BR38 Blue Reflector 4-3/4" Medium Flood 2000 6/12
100PAR/BUG/1 100 120 PAR38 BR38 Yellow Bug Reflector 4-3/4" Medium Flood 2000 6/12
100PAR/G/1 100 120 PAR38 BR38 Green Reflector 4-3/4" Medium Flood 2000 6/12
100PAR/R/1 100 120 PAR38 BR38 Red Reflector 4-3/4" Medium Flood 2000 6/12
HEAT LAMPS
ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFE HRS.* | PACK
125R40/1 125 120 R40 Clear Heat Lamp 5" Medium Clear 2000 12/24
250R40/1 250 120/130 R40 Clear Heat Lamp Sl Medium Clear 2000 12/24
250R40/10 250 120/130 R40 Red Heat Lamp 5" Medium Red 2000 12/24

*Life is increased by approximately 2.8 times when 130 volt lamps are used on a 120 volt line.
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DECORAT“’E Lamps

CHANDELIER
ITEM NUMBER WATTS VOLT TYPE DESCRIPTION MoL BASE FINISH LIFE HRS.* | PACK
25CFC 25 120/130 CA8 Flame-Tip 3-7/8" Candelabra Clear 2000 25/500
40CFC 40 120/130 CA8 Flame-Tip 3-7/8" Candelabra Clear 2000 25/500
60CFC 60 120/130 CA8 Flame-Tip 3-7/8" Candelabra Clear 2000 25/500
25CTC 25 120/130 B9.5 Torpedo-Tip 3-7/8" Candelabra Clear 2000 25/500
40CTC 40 120/130 B9.5 Torpedo-Tip 3-7/8" Candelabra Clear 2000 25/500
60CTC 60 120/130 B9.5 Torpedo-Tip 3-7/8" Candelabra Clear 2000 25/500
25EFC 25 120/130 CA10 Flame-Tip 4" Medium Clear 2000 25/500
40EFC 40 120/130 CA10 Flame-Tip 4" Medium Clear 2000 25/500
60EFC 60 120/130 CA10 Flame-Tip 4" Medium Clear 2000 25/500
25ETC 25 120/130 B11 Torpedo-Tip 3-7/8" Medium Clear 2000 25/500
40ETC 40 120/130 B11 Torpedo-Tip 3-7/8" Medium Clear 2000 25/500
60ETC 60 120/130 B11 Torpedo-Tip 3-7/8" Medium Clear 2000 25/500

Chandelier bulbs also available i frost.

GLOBES
ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFE HRS.* | PACK
25G161/2 25 120/130 G16.5 Cosmetic Globe 2" Candelabra Clear 2000 25/500
25G161/2/W 25 120/130 G16.5 Cosmetic Globe 2" Candelabra White 2000 25/500
40G161/2 40 120/130 G16.5 Cosmetic Globe 2" Candelabra Clear 2000 25/500
40G161/2/W 40 120/130 G16.5 Cosmetic Globe 2" Candelabra White 2000 25/500
60G161/2 60 120/130 G16.5 Cosmetic Globe 2" Candelabra Clear 2000 25/500
60G161/2/W 60 120/130 G16.5 Cosmetic Globe 2" Candelabra White 2000 25/500
25G25 25 120/130 G25 Vanity Globe 3-1/8" Medium Clear 1500 25/150
25G25/W 25 120/130 G25 Vanity Globe 3-1/8" Medium White 1500 25/150
40G25 40 120/130 G25 Vanity Globe 3-1/8" Medium Clear 1500 25/150
40G25/W 40 120/130 G25 Vanity Globe 3-1/8" Medium White 1500 25/150
60G25 60 120/130 G25 Vanity Globe 3-1/8" Medium Clear 1500 25/150
60G25/W 60 120/130 G25 Vanity Globe 3-1/8" Medium White 1500 25/150
100G25 100 120/130 G25 Vanity Globe 3-1/8" Medium Clear 1500 25/150
100G25/W 100 120/130 G25 Vanity Globe 3-1/8" Medium White 1500 25/150
60G40 60 120/130 G40 Large Globe 5" Medium Clear 2500 12/24
60G40/W 60 120/130 G40 Large Globe 5" Medium White 2500 12/24
100G40 100 120/130 G40 Large Globe 5" Medium Clear 2500 12/24
100G40/W 100 120/130 G40 Large Globe 3" Medium White 2500 12/24
150G40 150 120/130 G40 Large Globe 5" Medium Clear 2500 12/24
150G40/W 150 120/130 G40 Large Globe 3" Medium White 2500 12/24

“Life is increased by approximately 2.8 times when 130 volt lamps are used on a 120 volt line.
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SPECIALTY Lamps

EXIT SIGN / TUBULAR / CEILING FAN / INDICATOR in01viDUALLY BOXED OR SLEEVED

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION MoL BASE FINISH LIFE HRS.* PACK

15A15 15 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Frost 2500 24/240
15A15/CL 15 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Clear 2500 24/240
25A15 25 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Frost 2500 241240
25A15/CL 25 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Clear 2500 24/240
40A15 40 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Frost 2500 24/240
40A15/CL 40 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Clear 2500 24/240
BP40A15C/CL/CF 40 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Candelabra Clear 2500 6/24

BP40A15C/W/CF 40 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Candelabra White 2500 6/24

BP40A15N/CL/CF 40 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Intermediate Clear 2500 6/24

BP40A15N/W/CF 40 120 Al5 Appliance/Exit Sign/Fan 2-pack 3-3/8" Intermediate White 2500 6/24

60A15 60 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium frost 2500 24/240
60A15/CL 60 120/130 A15 Appliance/Exit Sign/Fan 3-3/8" Medium Clear 2500 24/240
BP60A15C/CL/CF 60 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Candelabra Clear 2500 6/24

BP60A15C/W/CF 60 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Candelabra White 2500 6/24

BP60A15N/CL/CF 60 120 A15 Appliance/Exit Sign/Fan 2-pack 3-3/8" Intermediate Clear 2500 6/24

BP6OA15N/W/CF 60 120 Al5 Appliance/Exit Sign/Fan 2-pack 3-3/8" Intermediate White 2500 6/24

15T6 15 120/130 T6 Exit Sign/Indicator 3" Candelabra Clear 2000 25/500
15T6-145 15 145 T6 Exit Sign/Indicator & Candelabra Clear 8000 25/500
9T61/2/ES 9 120 T6.5 Long Life Exit Sign 5-3/8" Intermediate Clear 30000 25/500
9T61/2/DC/ES 9 120 T6.5 Long Life Exit Sign 5-3/8" DC Bayonet Clear 30000 25/500
9T61/2/C/ES 9 120 T6.5 Long Life Exit Sign 5-3/8" Candelabra Clear 30000 25/500
20T61/2 20 120/130 | T6.5 Exit Sign 5-3/8" Intermediate Clear 3000 25/500
20761/2/IF 20 120/130 | T6.5 Exit Sign 5-3/8" Intermediate Frost 3000 25/500
20T61/2/DC/F 20 120/130 | T6.5 Exit Sign 5-3/8" DC Bayonet Frost 3000 25/500
25T61/2 25 120130 | T6.5 Exit Sign 5-3/8" Intermediate Clear 3000 25/500
25T61/2/IF 25 120/130 T6.5 Exit Sign 5-3/8" Intermediate Frost 3000 25/500
25T61/2/DC/IF 25 120/130 | T6.5 Exit Sign 5-3/8" DC Bayonet Frost 3000 25/500
25T8N 25 120 T8 Appliance/Indicator 2-9/16" Intermediate Clear 2000 25/500
25710 25 120/130 T10 Exit Sign/Picture 5-1/4" Medium Clear 2000 25/500
40710 40 120/130 T10 Exit Sign/Picture 5-1/4" Medium Clear 2000 25/500
40T10/IF 40 120/130 T10 Exit Sign/Picture 5-1/4" Medium Frost 2000 25/500
4C7 4 120 C7 Night Light 2-1/8" Candelabra Clear 3000 25/2000
7C7 7 120/130 c7 Night Light 2-1/8" Candelabra Clear 3000 25/2000
7C7/W 7 120 C7 Night Light 2-1/8" Candelabra White 3000 25/2000
71/2S 75 120/130 S11 Night Light 2-1/4" Medium Clear 3000 25/500
40S11N 40 120/130 S11 High Intensity/Appliance 2-5/16" Intermediate Clear 1500 25/500
11514-130 11 130 S14 Sign/Indicator 3-5/16" Medium Clear 3000 24/240

*Life is increased by approximately 2.8 times when 130 volt lamps are used on a 120 volt line.
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HAI.OGEN Lamps

DOUBLE-ENDED

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION MoL BASE FINISH LIFE HRS.* | PACK
Q100T3/CL/S 100 120/130 T3 Halogen Lamp, Short 3-1/8" RSC Clear 2000 25/250
Q150T3/CL/S 150 120/130 T3 Halogen Lamp, Short 3-1/8" RSC Clear 2000 25/250
0250T3/CL/S 250 120/130 T3 Halogen Lamp, Short 3-1/8" RSC Clear 2000 25/250
Q100T3/CL 100 120/130 T3 Halogen Lamp 4-11/16" RSC Clear 2000 25/250
Q150T3/CL 150 120/130 T3 Halogen Lamp 4-11/16" RSC Clear 2000 25/250
Q300T3/CL 300 120/130 T3 Halogen Lamp 4-11/16" RSC Clear 2000 25/250
Q500T3/CL 500 120/130 T3 Halogen Lamp 4-11/16" RSC Clear 2000 25/250
Q1500T3/CL-240 1500 240 T3 Halogen Lamp 10-1/16" RSC Clear 2000 25/100
*Life is increased by approximately 2 times when 130 volt lamps are used on a 120 volt line.

MR11 & MR16

ITEM NUMBER WATTS VoLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFEHRS. | PACK
BPQ10MR11 10 12 MR11 Halogen Mirrored Reflector 1-3/8" G4 Flood 3000 6/72
FTD 20 12 MR11 Halogen Mirrored Reflector 1-3/8" G4 Flood 3000 25/100
FTD/CG 20 12 MR11 Covered Glass Halogen Mirrored Reflector 1-3/8" G4 Flood 3000 25/100
FTH 35 12 MR11 Halogen Mirrored Reflector 1-3/8" G4 Flood 3000 25/100
BAB 20 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
BAB/CG 20 12 MR16 Covered Glass Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
BPBAB-120 20 120 MR16 Covered Glass Mirrored Reflector 2" GU8 Flood 3000 6/24
ESX 20 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Spot 3000 25/100
FMW 35 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
EXN 50 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
EXN/CG 50 12 MR16 Covered Glass Mirrored Reflector 2" GX5.3 Flood 3000 25/100
BPEXN-120 50 120 MR16 Covered Glass Mirrored Reflector 2" GU8 Flood 3000 6/24
EXT 50 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Spot 3000 25/100
EXZ 50 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Narrow Flood 3000 25/100
FNV 50 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Wide Flood 3000 25/100
EYC 75 12 MR16 Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
EYC/CG 75 12 MR16 Covered Glass Halogen Mirrored Reflector 2" GX5.3 Flood 3000 25/100
Q35MR16/GU10 35 120 MR16 Covered Glass Mirrored Reflector 2" GU10 Flood 2000 10/100
Q50MR16/GU10 50 120 MR16 Covered Glass Mirrored Reflector 2" GU10 Flood 2000 10/100
JC&JCD

ITEM NUMBER WATTS VoLT TYPE DESCRIPTION BASE FINISH LIFE HRS. PACK
Q1013 10 12 JC Halogen Lamp G4 Clear 2000 25/100
Q20T3 20 12 JC Halogen Lamp G4 Clear 2000 25/100
035T4 35 12 JC Halogen Lamp GY6.35 Clear 2000 25/100
Q5074 50 12 JC Halogen Lamp GY6.35 Clear 2000 25/100
050T4/JCD 50 120 JCD Halogen Lamp GY6.35 Clear 2000 25/100
Q100T4/JCD 100 120 JCD Halogen Lamp GY6.35 Clear 2000 25/100
BPQ20/G8 20 120 JCD Halogen Lamp G8 Clear 2000 6/24
BPQ25/G8 25 120 JCD Halogen Lamp G8 Clear 2000 6/24
BPQ50/G8 50 120 JCD Halogen Lamp G8 Clear 2000 6/24
BPQ75/G8 75 120 JCD Halogen Lamp G8 Clear 2000 6/24
BPQ25/G9 25 120 JCD Halogen Lamp G9 Clear 2000 6/24
BPQ35/G9 35 120 JCD Halogen Lamp G9 Clear 2000 6/24
BPQ40/G9 40 120 JCD Halogen Lamp G9 Clear 2000 6/24
BPQ60/G9 60 120 JCD Halogen Lamp G9 Clear 2000 6/24
BPQ35/8.6 35 120 JCD Halogen Lamp GY8.6 Clear 2000 6/24
BPQ50/8.6 50 120 JCD Halogen Lamp GY8.6 Clear 2000 6/24
BPQ75/8.6 75 120 JCD Halogen Lamp GY8.6 Clear 2000 6/24
BPQ100/8.6 100 120 JCD Halogen Lamp GY8.6 Clear 2000 6/24

[

|

!
S

IHE AT
120v 35w

- =
MR16 GU10




HAI.OGEN Lamps

MINI-CAN & DCBAYONET

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION BASE FINISH LIFE HRS.* PACK
Q50/CL/MC 50 120/130 T4 Halogen Lamp Mini-Can Clear 2000 25/100
Q75/CL/MC 75 120/130 T4 Halogen Lamp Mini-Can Clear 2000 25/100
Q100/CLMC 100 120/130 T4 Halogen Lamp Mini-Can Clear 2000 25/250
Q150/CL/MC 150 120/130 T4 Halogen Lamp Mini-Can Clear 2000 25/250
0250/CLMC 250 120/130 T4 Halogen Lamp Mini-Can Clear 2000 25/250
Q100/CL/DC 100 120/130 T4 Halogen Lamp DC Bayonet Clear 2000 25/250
(0150/CL/DC 150 120/130 T4 Halogen Lamp DC Bayonet Clear 2000 25/250
Q250/CL/DC 250 120/130 T4 Halogen Lamp DC Bayonet Clear 2000 25/250
PAR

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION LUMENS DIAMETER BASE FINISH LIFE HRS.* | PACK
50PAR20/QFL 50 120/130 PAR20 Halogen Reflector 525 2-1/2" Medium Flood 2500 15
50PAR30/QFL 50 120/130 PAR30 Halogen Reflector 600 3-3/4" Medium Flood 2500 15
75PAR30/QFL 75 120/130 PAR30 Halogen Reflector 1100 3-3/4" Medium Flood 2500 15
50PAR30/L/QFL 50 120/130 PAR30 Long Neck Halogen Reflector 600 3-3/4" Medium Flood 2500 15
75PAR30/L/QFL 75 120/130 PAR30 Long Neck Halogen Reflector 1100 3-3/4" Medium Flood 2500 15
45PAR/QFL 45 120/130 PAR38 Halogen Reflector 520 4-3/4" Medium Flood 2500 15
75PAR/QFL 75 120/130 PAR38 Halogen Reflector 1040 4-3/4" Medium Flood 2500 15
90PAR/QFL 90 120/130 PAR38 Halogen Reflector 1300 4-3/4" Medium Flood 2500 15
120PAR/QFL 120 120/130 PAR38 Halogen Reflector 1900 4-3/4" Medium Flood 2500 15

Halogen PAR lamps are also available in spot.
*Life is increased by approximately 2 times when 130 volt lamps are used on a 120 volt line.

HOUSEHOLD HALOGEN LAMPS

ITEM NUMBER WATTS VOLT DESCRIPTION LUMENS MOL BASE FINISH LIFEHRS. | PACK
BPQBOA/W 60 120 Halogen Household “BT15” Lamp 820 4" Medium White 3000 12/24
BPQB0A/CL 60 120 Halogen Household “BT15” Lamp 820 4" Medium Clear 3000 12/24
BPQ75A/W 75 120 Halogen Household “BT15” Lamp 1000 4" Medium White 3000 12/24
BPQ100A/W 100 120 Halogen Household “BT15” Lamp 1650 4" Medium White 3000 12/24
BPQ100A/CL 100 120 Halogen Household “BT15” Lamp 1650 4" Medium Clear 3000 12/24
Q50/150 50/100/150 120 Three-Way Halogen “A” Lamp 500/1325/1850 5-5/16" Medium White 3000 12
HALOGEN REFLECTORS
ITEM NUMBER WATTS VoLT DESCRIPTION LENGTH BASE FINISH LIFE HRS. PACK
Q50R20 45 120 Halogen R20 Reflector Lamp 4-1/8" Medium Frost 5000 6/24
Q65BR30 65 120 Halogen BR30 Reflector Lamp 5-3/8" Medium Frost 5000 6/12
Q75BR40 65 120 Halogen BR40 Reflector Lamp 6-9/16" Medium Frost 5000 6/12
ENERGY SAVER HALOGEN REFLECTORS
ITEM NUMBER WATTS voLT DESCRIPTION LENGTH BASE FINISH LIFE HRS. PACK
Q40R20/ES 40 120 Halogen R20 Reflector Lamp 450 Lumen 4-1/8" Medium Frost 2500 6/12
Q40BR30/ES 40 120 Halogen BR30 Reflector Lamp 600 Lumen 5-3/8" Medium Frost 2500 6/12

SATIN GLOW HALOGEN LAMPS
SATIN GLOW HALOGEN REFLECTORS FEATURE DIFFUSED GLASS THAT ELIMINATES HOT SPOTS AND GLARE WHILE STILL OFFERING SOFT, BRIGHT LIGHT.

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION LUMENS DIAMETER BASE FINISH | LIFEHRS. | PACK
BPEXN/SG 50 12 MR16 Satin Glow Reflector 2" GX5.3 Flood 3000 6/24
50PAR20/QFL/SG 50 120 PAR20 Satin Glow Reflector 450 2-1/2" Medium Flood 2500 6/24
75PAR30/QFL/SG 75 120 PAR30 Satin Glow Reflector 938 3-3/4" Medium Flood 2500 6/24
75PAR30/L/QFL/SG 75 120 PAR30 Long Neck Satin Glow Reflector 938 3-3/4" Medium Flood 2500 6/24
90PAR/QFL/SG 90 120 PAR38 Satin Glow Reflector 1260 4-3/4" Medium Flood 2500 6/24

T4 MINI-CAN T4 DCBAYONET PAR30 LONG REFLECTOR SATIN GLOW PAR38
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MAINTENANCE PACK® mutti-pack PROGRAM

“A” LAMPS

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION LUMENS BASE FINISH LIFE HRS.* | PACKS
40A/MP-130 40 130 A19 Long Life, Brass Base, 24-Pack 445 Medium Frost 2800 5
60A/MP-130 60 130 A19 Long Life, Brass Base, 24-Pack 800 Medium Frost 2800 5
60A/CL/MP-130 60 130 A19 Long Life, Brass Base, 24-Pack 800 Medium Clear 2800 5
75A/MP-130 75 130 A19 Long Life, Brass Base, 24-Pack 920 Medium Frost 2800 5
100A/MP-130 100 130 A19 Long Life, Brass Base, 24-Pack 1380 Medium Frost 2800 5
100A/CL/MP-130 100 130 A19 Long Life, Brass Base, 24-Pack 1380 Medium Clear 2800 5
GLOBES

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFE HRS.* | PACKS
25G25/MP-130 25 130 G25 Bath & Vanity Globe, 6-Pack 3-1/8" Medium Clear 4200 4
25G25/MP/12 25 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium Clear 4200 4
40G25/MP-130 40 130 G25 Bath & Vanity Globe, 6-Pack 3-1/8" Medium Clear 4200 4
40G25/MP/12 40 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium Clear 4200 4
60G25/MP-130 60 130 G25 Bath & Vanity Globe, 6-Pack 3-1/8" Medium Clear 4200 4
60G25/MP/12 60 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium Clear 4200 4
25G25/W/MP-130 25 130 G625 Bath & Vanity Globe, 6-Pack 3-1/8" Medium White 4200 4
25G25/W/MP/12 25 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium White 4200 4
40G25/W/MP-130 40 130 G25 Bath & Vanity Globe, 6-Pack 3-1/8" Medium White 4200 4
40G25/W/MP/12 40 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium White 4200 4
60G25/W/MP-130 60 130 G25 Bath & Vanity Globe, 6-Pack 3-1/8" Medium White 4200 4
60G25/W/MP/12 60 130 G25 Bath & Vanity Globe, 12-Pack 3-1/8" Medium White 4200 4
REFLECTORS

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFE HRS.* | PACKS
45R20/MP-130 45 130 R20 Indoor Reflector, 6-Pack 2-1/5" Medium Flood 5600 4
45R20/MP/12 45 130 R20 Indoor Reflector, 12-Pack 2:1/5¢ Medium Flood 5600 4
65BR30/FL/MP-130 65 130 BR30 Indoor Reflector, 6-Pack 3-3/4" Medium Flood 5600 4
65BR30/FL/MP/12 65 130 BR30 Indoor Reflector, 12-Pack 3-3/4" Medium Flood 5600 4
65BR30/SP/MP-130 65 130 BR30 Indoor Reflector, 6-Pack 3-3/4" Medium Spot 5600 4
65BR30/SP/MP/12 65 130 BR30 Indoor Reflector, 12-Pack 3-3/4" Medium Spot 5600 4
65BR/FL/MP-130 65 130 BR40 Indoor Reflector, 6-Pack 5" Medium Flood 5600 4
65BR/FL/MP/12 65 130 BR40 Indoor Reflector, 12-Pack 5 Medium Flood 5600 2
250R40/1/MP-130 250 130 R40 Clear Heat Lamp, 2-Pack 5" Medium Clear 5600 12
*Life hours shown at 120 volts. Lumens decreased by approximately 25% and wattage decreased by approximately 10% when 130 volt lamps are used on a 120 volt line.

ROUGH SERVICE = TUFF KOTE
“A” LAMPS

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION LUMENS BASE FINISH LIFE HRS.* | PACK
60A/RS-130 60 130 A19 Rough Service 600 Medium Frost 15000 120
75A/RS-130 75 130 A19 Rough Service 700 Medium Frost 15000 120
100A/RS-130 100 130 A19 Rough Service 1050 Medium Frost 15000 120
150A/RS-130 150 130 A21 Rough Service 1700 Medium Frost 14000 24/120
40A15/TF-130 40 130 A15 Tuff Kote Appliance/Fan Medium Frost 7000 6/24
75A/RS/TF-130 75 130 A19 Tuff Kote/Rough Service 700 Medium Frost 15000 6/120
100A/RS/TF-130 100 130 A19 Tuff Kote/Rough Service 1050 Medium Frost 15000 6/120
REFLECTORS

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION DIAMETER BASE FINISH LIFE HRS.* | PACK
50R20/TF-130 50 130 R20 Tuff Kote Reflector 2-1/2" Medium Flood 5600 6/120
75R30/TF-130 75 130 R30 Tuff Kote Reflector 3-3/4" Medium Flood 5600 6/24
150R/TF-130 150 130 R40 Tuff Kote Reflector 5" Medium Flood 5600 6/24
250R40/1/TF-130 250 130 R40 Tuff Kote Heat Lamp 5 Medium Clear 5600 6/24
DOUBLE-ENDED HALOGEN

ITEM NUMBER WATTS VOLT TYPE DESCRIPTION MOL BASE FINISH LIFE HRS.* | PACK
BPQ150T3/CL/S/RS/2 150 130 T3 Rough Service Halogen Short, 2-Pack 3-1/8" RSC Clear 4000 6/24
BPQ300T3/CL/RS/2 300 130 T3 Rough Service Halogen, 2-Pack 4-1116" RSC Clear 4000 6/24
BPQ500T3/CL/RS/2 500 130 T3 Rough Service Halogen, 2-Pack 4-11116" RSC Clear 4000 6/24
TWISTS

ITEM NUMBER INCAND. REPLACEMENT WATTS COLOR TEMP. DESCRIPTION MOL LUMENS LIFE HRS. PACK
ESL13T/TF 60w 13 2700°K Tuff Kote Mini Twist 4.4" 8000 12
ESL23T/TF 100w 23 2700°K Tuff Kote Mini Twist 4.8" 8000 12

*Average life hours when used on a 120 volt line.

Pinched Quartz Tube Multiple Filament Supports
Holds Filament Supports Securely Resist Vibration Shatter Resisant -
Plated Contacts Rubber Coated Bulb Rubber Coated Bulb
Extra Strength Filament Do Not Corrode  Mulile Filament Supports

Resist Vibration
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ROUGH SERVICE HALOGEN ROUGH SERVICE A19 TUFF KOTE TWIST TUFF KOTE REFLECTOR




FLUORES(ENT Lamps

LINEAR FLUORESCENTS
ITEM NUMBER WATTS COLOR TEMP. TYPE DESCRIPTION MOL BASE LIFE HRS. PACK
F4T5/CW 4 4100°K 15 Cool White 6" Mini Bi-Pin 7500 25/250
F6T5/CW 6 4100°K 15 Cool White 9" Mini Bi-Pin 7500 25/250
F8T5/CW 8 4100°K 15 Cool White 12" Mini Bi-Pin 7500 25/250
F13T5/CW 13 4100°K 15 Cool White 21" Mini Bi-Pin 7500 25/250
F14T8/CW 14 4100°K T8 Cool White 15" Bi-Pin 7500 25
F15T8/CW 15 4100°K T8 Cool White 18" Bi-Pin 7500 25
F14T12/CW 14 4100°K T12 Cool White 15" Bi-Pin 7500 25
F15T12/CW 15 4100°K T12 Cool White 18" Bi-Pin 7500 25
F20T12/CW 20 4100°K T12 Cool White 24" Bi-Pin 9000 25
F1778/35K 17 3500°K T8 3500K 75 CRI 24" Bi-Pin 10000 25
F17T8/41K 17 4100°K T8 4100K 75 CRI 24" Bi-Pin 10000 25
F30T8/CW 30 4100°K T8 Cool White 36" Bi-Pin 7500 30
F30T12/CW/RS 30 4100°K T12 Cool White, Rapid Start 36" Bi-Pin 18000 30
F32T8/30K 32 3000°K T8 3000K 75 CRI 48" Bi-Pin 10000 30
F32T8/35K 32 3500°K T8 3500K 75 CRI 48" Bi-Pin 10000 30
F32T8/41K 32 4100°K T8 4100K 75 CRI 48" Bi-Pin 10000 30
F3278/841 32 4100°K T8 4100K 82 CRI 48" Bi-Pin 10000 30
F32T8/U6/41K 32 4100°K T8 4100K 75 CRI U-Bend 22-7/16" Bi-Pin 18000 16
F40CW/ES 34 4100°K T12 Cool White 48" Bi-Pin 20000 30
FA0CWX 40 4100°K T12 Cool White Deluxe 48" Bi-Pin 20000 30
FA0DX 40 6500°K T12 Daylight Deluxe 48" Bi-Pin 20000 30
FA0WW/ES 34 3000°K T12 Warm White 48" Bi-Pin 20000 30
F40CW/UB/ES 34 4100°K T12 Cool White U-Bend 22-1/2" Bi-Pin 18000 12
F72T12/CW 55 4100°K T12 Cool White 72" Single Pin 12000 15
F96T12/DX 75 6500°K T12 Daylight Deluxe 96" Single-Pin 12000 15
FO6T12/CW/ES 60 4100°K T12 Cool White 96" Single Pin 12000 15
F96T12/CW/HO/ES 95 4100°K T12 Cool White, High Output 96" Rec. Bi-Pin 12000 15
CIRCULAR FLUORESCENTS
ITEM NUMBER WATTS COLOR TEMP. TYPE DESCRIPTION DIAMETER BASE LIFE HRS. PACK
FC6T9/CW 20 4100°K T9 Cool White, Circular 6" 4-Pin 12000 12
FC8T9/CW 22 4100°K 19 Cool White, Circular 8" 4-Pin 12000 12
FC8T9/WW 22 3000°K T9 Warm White, Circular 8" 4-Pin 12000 12
FC30/CW 30 4100°K T9 Cool White, Circular 9" 4-Pin 10000 12
FC30 30 2700°K T9 Warm White, Circular 9" 4-Pin 10000 12
FC12T9/CW 32 4100°K T9 Cool White, Circular 12" 4-Pin 12000 12
FC12T9/WW 32 3000°K 19 Warm White, Circular 12" 4-Pin 12000 12
FC16T10/CW 40 4100°K T10 Cool White, Circular 16" 4-Pin 12000 12
FLUORESCENT TUBE GUARDS & STARTERS
ITEM NO. TYPE DESCRIPTION MOL FINISH PACK
4'PT T12 Tube Guard With End Caps 48" Clear 24
4'PTT8 T8 Tube Guard With End Caps 48" Clear 24
8'PT T12 Tube Guard With End Caps 96" Clear 24
ITEM NO. WATTS DESCRIPTION PACK
FS2 15-20 Starter With Condenser 25
FS4 30-40 Starter With Condenser 25
FS5 45,8 Starter With Condenser 25
FS22 22 Starter With Condenser 25

CIRCULAR T12 BI-PIN T12 SINGLE-PIN




H.l.D. High Intensity Discharge Lecarie

METAL HALIDE
ITEM NUMBER WATTS TYPE DESCRIPTION MOL BASE FINISH LIFE HRS. PACK
MH50/U/MED 50 ED17 Metal Halide Universal Burn 5-7/16" Medium Clear 10000 12
MH70/U/MED 70 ED17 Metal Halide Universal Burn 5-7/16" Medium Clear 10000 12
MH100/U/MED 100 ED17 Metal Halide Universal Burn 5-7/16" Medium Clear 10000 12
MH150/U/MED 150 ED17 Metal Halide Universal Burn 5-7/16" Medium Clear 10000 12
MH175/U/MED 175 ED17 Metal Halide Universal Burn 5-7/16" Medium Clear 10000 12
MH175/U 175 ED28 Metal Halide Universal Burn 9-1/5" Mogul Clear 10000 6
MH250/U 250 ED28 Metal Halide Universal Burn 9-1/5" Mogul Clear 10000 6
MH400/U/ED28 400 ED28 Metal Halide Universal Burn 9-1/5" Mogul Clear 10000 6
MH400/U 400 ED37 Metal Halide Universal Burn 11" Mogul Clear 10000 6
MH1000/U 1000 ED37 Metal Halide Universal Burn 11" Mogul Clear 10000 6
HIGH PRESSURE SODIUM
ITEM NUMBER WATTS TYPE DESCRIPTION MOL BASE FINISH LIFE HRS. PACK
LU35/MED 35 ED17 High Pressure Sodium 5-7/16" Medium Clear 16000 12
LU50/MED 50 ED17 High Pressure Sodium 5-7/16" Medium Clear 24000 12
LU70/MED 70 ED17 High Pressure Sodium 5-7/16" Medium Clear 24000 12
LU100/MED 100 ED17 High Pressure Sodium 5-7/16" Medium Clear 24000 12
LU150/MED 150 ED17 High Pressure Sodium 5-7/16" Medium Clear 24000 12
LU70 70 ED23 High Pressure Sodium 7-3/4" Mogul Clear 24000 12
LU100 100 ED23 High Pressure Sodium 7-3/4" Mogul Clear 24000 12
LU150 150 ED23 High Pressure Sodium 7-3/4" Mogul Clear 24000 12
LU250 250 T14 High Pressure Sodium 9-3/4" Mogul Clear 24000 12
LU400 400 114 High Pressure Sodium 9-3/4" Mogul Clear 24000 12
MERCURY VAPOR
ITEM NUMBER WATTS TYPE DESCRIPTION MOL BASE FINISH LIFE HRS. PACK
H38MP-100/DX 100 A23 Mercury Vapor 5-3/5" Medium White 24000 12
H38AV-100/DX 100 ED17 Mercury Vapor 5-1/2" Medium White 24000 12
H38AV-125/DX 125 ED17 Mercury Vapor 5-1/2" Medium White 24000 12
H38JA-100/DX 100 ED23 Mercury Vapor 7-1/2" Mogul White 24000 12
H39KB-175 175 BT28 Mercury Vapor 8-5/16" Mogul Clear 24000 12
H39KC-175/DX 175 BT28 Mercury Vapor 8-5/16" Mogul White 24000 12
)
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NOTES

1. Rated life hours is an average value based on laboratory tests of representative groups of lamps under controlled conditions. Rated
life hours is based on survival of 50% of the lamps and allows for individual lamps to vary considerably from the average. Life is also
dependent on service conditions.

2. All information contained in this catalog is accurate to the best of our knowledge. No liability is assumed by Feit Electric Company
for inaccuracies or errors.

3. Specifications are subject to change without notice. Please contact our customer service department to verify specifications.
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