
SPECIFICATION SHEET : SC-120-118-CFL

     2006-19 rev B 

Description : PONY Series, High Frequency Electronic, Rapid Start Ballast,
                       Meets Energy Star 4.0 Criteria For Applications Listed.
This Ballast Will Operate Following Lamps.
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WIRE BLACK WHITE RED BLUE YELLOW BROWN

LENGTH - INCHES

WIRING DIAGRAMS

NOTE : This Plastic Case Ballast Does Not Require Grounding
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MECHANICAL DATA

Where : L = Length, W = Width,  H = Height
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This Is An Original Product From Fulham Co., Inc 

Fulham extends a limited warranty only to the original purchaser or to the first user for a period of 2 years from the date of manufacture when properly 
installed and operated under normal conditions of use. For complete terms and conditions, please reference the Fulham product catalog (www.fulham.com)
Due to a program of continuous improvement, Fulham reserves the right to make modifications or variations in design or construction
to the equipment described.

ELECTRICAL DATA

LAMP WATTS/TYPE 18C FQ/E 18C FTR /E - - - - - - -

LAMPS OPER ATED 1 1

IN PU T WATTS 21.88 20.81

LIN E C U R R EN T: 0 .314 0.304

POWER  FAC TOR 0.579 0.570

BALLAST FAC TOR 1.065 1.056

EFFIC AC Y FAC TOR 4.868 5.076

TH D  135.20 136.70

CURRENT CREST FA CTOR

EMI/R FI C OMPLIAN C E

SOU N D  R ATIN G

BALLAST TYPE

VOLTAGE TR AN SIEN TS

IN PU T/PR OTEC TION

OU TPU T/PR OTEC TION

MIN . OPER ATIN G TEMP

MAX. C ASE TEMP

EN ER GY STAR  4 .0

APPR OVALS/C LASS
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