MINITERMS

Female Disconnects: Piggyback, Sleeved Barrel & Insulated SPECIFICATIONS

P IFS, IF Series © Vinyl/Un-Insulated/Nylon Female Piggyback: Electro fin plated
copper with butter seam, Vinyl, 600V, 105 °F.
o Nylon Female Fully Insulated Sleeved Barrel: Electro tin plated
FEATURES copper, Nylon, 600V, 105 °F. Female fully insulated quick disconnect
with butted seam.
o Nylon Female Fully Insulated: Female, fully insulated quick
disconnect, Nylon, 600V, 105 °C.

o Female quick disconnects feature turned up edges for greater retention safety and reliability.
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"s" PACKS PRO PACKS STD PACKS BULK PACKS
INSULATION WIRE ~ STUD LENGTH  WIDTH
FIG. NO. STVLE gt sze PSS gy ENG QY OTNO. Y GmNo. QW (AT, NO. ary
1 Female Piggyback Vinyl 2218 | 0250  cUlus | 0.826 0.259 - - - - P22250:3v | 100 | P22-250-3V-BULK = 1000
1 FemdePiggbock | Viny | 1614 | 0250 cUlus | 0.826 | 0259 | PI62503VS 15 PI42503VP 40 | PI250:3V 100 | P16250-3VAULK 1000
1 femdePiggback | Viy | 1210 | 0250 UL | 1010 | 0250 - - - —  PI22508V | 50 | PI2250:3VBULK 500
2 FemdePiggybock Uninsuloted 1614 0250 - 0477 0295 - - - — PI62503 100 | P1625038ULK 1000
3 femdlePiggybock | Nyon | 2218 0250 | s | 0.866 0259 - - — | P222503N | 100 | P22-250-3NBULK 1000
3 FemdePiggyback  Mylon | 1614 0250 cUlus 0866 | 0.259 - - - —  PIG2503N | 100 | P16250-3NBULK 1000
g FemoleFully hsoted e om0 w0800 | 0230 - - - —  IRS221102N | 100 IFS22-110:2NBULK 1000
Sleeved Barrel
g femoleFullyInsuioed |\ 018 00w 080 0230 = = = —  IFS22-1103N 100 IFS22-110-3NBULK 1000
Sleeved Barrel
g femlefulysuoted |\ 0950w 0s0 0380 - — = ;250N 100 IFS22250N8ULK 1000
Sleeved Barrel
g Temoefulylsuoted |\ 0950w as0 | 0380 - — == FSI6203N 100 IFST62503NBULK 1000
Sleeved Barrel
g FemoleFully nsated 0 ags0 w1060 0380 - - - — ST22503N 50 IFS12-250-3NBULK 500
Sleeved Barrel
5 FemdleFully nsulated  Nylon 2218 0110 UL | 0800 = 0230 - - - — 22102 100 | IF22-110-2NBULK 1000
5 FemdeFully nsulated  Nyon | 2218 0110 UL | 0.800 | 0230 - - - —  IF221103N 100 | IF22-1103NBULK 1000
5 FemdeFullynsulated  Nyon 2218 0187 UL | 0780 = 0320 - - - —  IF21872N 100 | IF22-187-2NBULK 1000
5 Femde Fully nslated  Nyon | 2218 | 0187 UL | 0780 | 0320 - - - — IF21873N | 100 | IF22-187-3NBULK 1000
5 Femdefulyhsoled  Nyon | 2218 0250  cUlis 0866 | 0259 - - - —  IF222503N 100 | IF22-250-3NBULK 1000
5 Femdle Fully nslated  Nyon 1614 | 0187 dllis | 0780 | 0320 - - - — IFIGI872N | 100 | IF16187-20BULK 1000
5 FemdleFulyhsuoted  Nyon 1674 0187 UL 0780 | 0320 - - - —  IFI&I873N 100 | IF16187-3NBULK 1000
5 FemdleFulyhsoted | Nyon | 1614 | 0250  cUlus | 0866 | 0259 | IFI62503NS | 12 IF162503NP 50 IFI62503N 100 IF16:250-3NBULK 1000
5 FemdleFulyhsloted  Nyon | 1614 0250 — 0955 0395 IFI62503MGS 10 - —  IFI62503MG 100 IF16-250-3M6BULK 1000
5 Female Fully Insulated | Nylon | 12-10 | 0.250 = cUluss | 0.964 0.259 | IF12-250-3NS | 12 [IF12-250-3NP 30 | IF12-250-3N | 50 | IF12-250-3N-BULK = 500
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