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TME SERIES-LED DISPLAYS

TME17A TME1T19A TME1T9WA

e 17"LED Monitor e 19”LED Monitor o 18.5"Wide" LED Monitor
« 1280 x 1024, 250 cd/m? o 1280 x 1024, 250 cd/m? e 1366 x 768, 250 cd/m?

¢ 1000:1 Contrast Ratio » 1000:1 Contrast Ratio » 1000:1 Contrast Ratio

» HDMI, BNCIn & Out o HDMI, BNC In & Out « HDMI, BNC In & Out

o VGA, Audio * VGA, Audio « VGA, Audio

« Standard Desk Stand « Standard Desk Stand « Standard Desk Stand

¢ VESA Mountable « VESA Mountable « VESA Mountable

» 3 Year Warranty  3Year Warranty  3Year Warranty

TME SERIES-LED DISPLAYS

TME22WA TME24A TME32A

+ 21.5Wide" LED Monitor  24”Class LED Monitor * 31.5”LED Monitor

*+ 1920 x 1080 HD, 250 cd/m? *+ 1920 X 1080 HD, 250 cd/m? + 1920 X 1080 HD

+ 1000:1 Contrast Ratio * 1000:1 Contrast Ratio * 280cd/m?

+ HDMI, BNC In & Out ¢ BNCIn & Out (adapter included) ¢ 3000:1 Contrast Ratio

* VGA, Audio * HDMI, VGA, Audio e 2 USB Ports (MPEG-4 and JPEG)
» Standard Desk Stand ¢ Includes Desk Stand & Remote * BNC In & Out (adapter included)

+ VESA Mountable * VESA Mountable 2 HDMI, VGA, AV, Audio

* 3 Year Warranty * 3Year Warranty * Includes Desk Stand & Remote

* VESA Mountable

* 3Year Warranty
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TME SERIES-LED DISPLAYS

TMEA43 TMU43 TMES5O

e 43" LED Monitor

e 1920 X 1080 HD

e 330 cd/m?

« 1200:1 Contrast Ratio

e 2 USB Ports (MPEG-4 and JPEG)
e BNC In & Out (adapter included)

« 2 HDMI, VGA, AV, Audio-In

« Includes Desk Stand & Remote
« VESA Mountable

* 3Year Warranty

AK Ultra HD

Full Moy

43" 4K Ultra HD LED Monitor
3840 X 2160 HD

380 cd/m?

1200:1 Contrast Ratio

4 USB Ports (MPEG-4 and JPEG)
BNC In & Out (adapter included)

3 HDMI, VGA, AV

Includes Desk Stand & Remote
VESA Mountable

3 Year Warranty

LARGE 4K LED DISPLAYS

TME75 TMES86

» 75"4K LED DISPLAY

e 3840x 2160, 450 cd/m?

* 1200:1 Contrast Ratio

¢ HDMIIn X 4, HDMI Out x 1

e VGA, PC Audio In, AV In/Out

e USB x 3,RS232 In/Out, SPDIF Out
* 10 watts x2

* Includes Wall Mount

86" 4K LED DISPLAY

3840x 2160, 450 cd/m?

1200:1 Contrast Ratio

HDMI In X 4, HDMI Out x 1

VGA, PC Audio In, AV In/Out

USB x 3, RS232 In/Out, SPDIF Out
10 watts x 2

Includes Wall Mount

50”LED Monitor

1920 X 1080 HD

300 cd/m?

4000:1 Contrast Ratio

2 USB Ports (MPEG-4 and JPEG)
BNC In & Out (adapter included)

2 HDMI, VGA, AV, Audio-In
Includes Desk Stand & Remote
VESA Mountable

3 Year Warranty



CAMERA TESTER PVM

FATLME

TLM-43IPC OLED TOM-04311p OUFP TLM-2601PVM

+ 4.3"0LED IP & AHD Test Monitor * 4.3"OLED IP Hand-Held Monitor * 26"PVM, 540 TVL,

« Touch Screen, ONVIF & PTZ * Touch Screen IP & Analog ¢ TLM-2601 PVM-W (White)

« CVI, AHD, TVI, SDI, CVBS * 480x272 * TLM-2601 PVM-B (Black)

« 800 x 480 * Snapshot & Video Playback e AHD Internal Wide Dynamic Camera
» Snapshot & Video Playback * PoE * 1/3 Pixim DPS Sensor

o PoE * 3 Hours Display Time * 1366 x 768, 450 cd/m?

 5Hours Display Time * 6+ Hours Standby Time ¢ 3000:1 Contrast Ratio

+ SD Card Storage ¢ SD Card Storage * 24VDC, 63 Watts

« Includes Carrying Case * Includes Wrist Strap * 1BNCInput, 2 BNC Output

* 3 Year Warranty * 3YearWarranty 3D Comb Filter, DNR

* 3 Pre-Edited Display Text Message
* 3 Year Warranty

ASSORTED DISPLAYS

(Power Supply Sold Separately) 24V AC

Document Control #:0308.18

(TRK-08010ptional Mount)

TLM-1506T TLM-0801

* 15" LCD Monitor * 8"LED Monitor

* Reduced Power Consumption « Energy Efficient

* 1024 x 768, 250 cd/m? e 800 x 600, 250 cd/m?

* 500:1 Contrast Ratio ¢ 500:1 Contrast Ratio

* 1 Composite BNC In & Out » 2 Composite BNC In & Out

* S-Video, VGA, and Audio Inputs + 1S-Video, 1 VGA, 1 Audio In & Out

* VESA Mountable + Dual Rack (TRK-08010ptional Mount)
* Rack Mountable * 3Year Warranty

* 3Year Warranty
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