PLS 6W HYB GX23 TITANIUM LED SERIES @

GREENCREATIVE

PLEDGE 6W REPLACES

5 )

HYBrid installation - DIRect or BYPass

Compatible with magnetic ballasts - DIRect installation

Built-in universal voltage driver - BYPass installation (., 120-
Exceptional efficacy 93 LPW BALLAST 77

Lasts 5 times longer than CFL , COMPATIBLE UNIVERSAL
310° rotatable base
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COMPACT FORM FACTOR AND ROTATABLE BASE SUITABLE FOR ALL APPLICATIONS
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PLS 6W HYB GX23 TITANIUM LED SERIES

APPLICATIONS

Office

Base:
Voltage:

Dimmable:
PF:

Lifetime (L70):

Weight:

SPECIFICATIONS

)

GREENCREATIVE

Hospitality General
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1.36"(35mm)

GX23 (2-pin CFL)

Magnetic ballast compatible
120-277V

No

0.9

50,000 hrs

0.15lb / 689

Note: Product designed to replace
13W Double Twin Tube CFL. For
Single Twin Tube CFL replacement,
please use PLS 5.5W HYB GX23.

Model

6PLS/827/HYB/GX23/R
6PLS/830/HYB/GX23/R
6PLS/835/HYB/GX23/R

6PLS/840/HYB/GX23/R

CRI (typ.)
Soft White 2700K
Warm White 3000K
Neutral White 3500K

Cool White 4000K

Lumens LPW Beam Angle

87
92
92

93




