
Covers, Round, Non-Metallic, 
Multi-Service
 
 
 
 
Brown Ivory Gray Black 
Cat. No. Cat. No. Cat. No. Cat. No.
PFBCBRA PFBCIA PFBCGYA PFBCBLA
 
Cover, Round, Brass 
Description Cat. No.
Cover  SF39253A

Face Plates
for Raised and Recessed Floor Boxes
Type Cat. No.
Duplex HBLST302SGY
StyleLine® HBLDE301SGY
Toggle HBLTO310SGY
Blank HBLBL300SGY
Hubbell Keystone HBL317SGY

1-Piece Cover, Brass & Carpet Flange 
 
 
 
Type Cat. No.
Duplex Flap SF3925
2 1/8” Single Receptacle SF2925
Comb. 2 1/8” x 3/4” SF2525
Comb. 2 1/8” x 1” SF2725

Gang Style Cat. No.
4 Deep HBLCFB301BASE
4 Shallow HBLCFB401BASE
8 Deep HBLCFB501BASE
 
Cover and Flange Assembly
Color Cat. No.
Granite HBLTCGNTSW
Black HBLTCGNTBKSW

Metallic Cover,  
Flange and Cable Door
Color Cat. No.
Brass Finish LCFBCBRSC
Aluminum Finish LCFBCALC
Gray LCFBCGYC
Black LCFBCBKC

Reinforced Nylon Cover, 
Thermoplastic (ABS) Flange and Cable Door
Color Cat. No.
Brown LCFBCBRA
Gray LCFBCGYA
Ivory LCFBCCIA
Black LCFBCBKA

Metallic Cover and Cable Door
Color  Cat. No.
Brass Finish LCFBCBRST
Aluminum Finish LCFBCALT
Gray  LCFBCGYT
Black  LCFBCBKT
 
Large Capacity Face Plates

Cover for Large Capacity Floor Box 
Tile Applications

Style Cat. No.
Stamped Steel LCFBSSA
Cast Iron LCFBCA
 
Covers for Large Capacity Floor Box
Carpet applications

Opening  Cat. No.
Duplex  LCFBP8
Style Line  LCFBP26
Single Receptacle 1.56” dia. LCFBP720
Blank  LCFBP14

Cast Iron Floor Boxes
Threaded Conduit   
Hub Sizes Cat. No.
¾” 4-way B2536
1” 4-way B253641

Stamped Steel Floor Box
Type Depth Cat. No.
Deep 3.88 B2527
Shallow 2.91 B2529

Carpet Flanges 
 
 Diameter Diameter 
 6.25" 5.25"
Material Cat. No. Cat. No.
Brass S3082 S3182
Polycarbonate  S3079

Gang Style Cat. No.
4 Deep HBLAFB301BASE
4 Shallow HBLAFB401BASE
8 Deep HBLAFB501BASE
 
Cover and Flange Assembly
Color Type Cat. No.
Granite Reversible HBLTCGNT
Black Reversible HBLTCGNTBK
Faceplates listed below.

Type Cat. No.
Duplex Screw S3725
Duplex Flap S3925
Comb. 2 1/8” x 3/4” S2525
Comb. 2 1/8” x 1” S2725

Brass Round Individual Covers 

Raised Access Floor Boxes
Full Line Catalog Section ‘L’

Round Floor Boxes
Full Line Catalog Section ‘L’

Large Capacity Recessed Floor Boxes
Full Line Catalog Section ‘L’

Concrete Recessed Floor Boxes
Full Line Catalog Section ‘L’

Fully Adjustable Concrete
Type Cat. No.
Stamped Steel 3SFBSS
Cast Iron 3SFBC

Cover and Carpet Flange Assembly
Color Cat. No.
Brown 3SFBCBRA
Gray 3SFBCGYA
Ivory 3SFBCIA
Black 3SFBCBKA

Service Plates

Type Cat. No.
Duplex 3SFBRP
Voice/Data 3SFBTP
Blank 3SFBB
Single Receptacle 3SFBS

Concealed 3-Service Floor Boxes
Full Line Catalog Section ‘L’

 POWER & DATA DELIVERY 

Floor Box, Round, Non-Metallic
 
 
 
 
 
Description Cat. No.
Box with concrete cover and PFB1 
4 reducers/closure plugs
Adapter PFBA1A
Low Voltage Divider PFBT1A
“Y” adapter PFBYA1 

www.hubbell-solutions.com/edu
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Drywall Applications
Type Gang Cat. No.
Single-service One HBLWSCS1
Multi-service Two HBLWSCS2
Multi-service Three HBLWSCS3
Multi-service Four HBLWSCS4
Multi-service Six HBLWSCS6
Multi-service Barrier HBLSCSBW
Low Voltage Two HBLWSCS2MMO
Low Voltage Three HBLWSCS3MMO
Low Voltage Four HBLWSCS4MMO
Low Voltage Six HBLWSCS6MMO
 
Masonry Applications
Type Gang Cat. No.
Multi-service One HBLWSCS1MBD
Multi-service Two HBLWSCS2MBD
Multi-service Three HBLWSCS3MBD
Multi-service Four HBLWSCS4MBD
Multi-service Six HBLWSCS6MBD
Multi-service Barrier HBLSCSBMBD Duplex

Color Cat. No.
White HBLST302SWA
Ivory HBLST302SI
Gray HBLST302SGY
Black HBLST302SBK
 
StyleLine®

Color Cat. No.
White HBLDE301SWA
Ivory HBLDE301SI
Gray HBLDE301SGY
Black HBLDE301SBK

Trim Rings
Gang Color Cat. No.
One White HBLTRIM1WWA 
 Ivory HBLTRIM1WI 
 Gray HBLTRIM1WGY 
 Black HBLTRIM1WBK
Two White HBLTRIM2WWA 
 Ivory HBLTRIM2WI 
 Gray HBLTRIM2WGY 
 Black HBLTRIM2WBK
Three White HBLTRIM3WWA 
 Ivory HBLTRIM3WI 
 Gray HBLTRIM3GY 
 Black HBLTRIM3BK
Four White HBLTRIM4WWA 
 Ivory HBLTRIM4WI 
 Gray HBLTRIM4GY 
 Black HBLTRIM4BK
Six White HBLTRIM6WWA 
 Ivory HBLTRIM6WI 
 Gray HBLTRIM6GY 
 Black HBLTRIM6BK

Toggle
Color Cat. No.
White HBLTO310SWA
Ivory HBLTO310SI
Gray HBLTO310SGY
Black HBLTO310SBK

Hubbell - Keystone
Color Cat. No.
White HBL317SWA
Ivory HBL317SI
Gray HBL317SGY
Black HBL317SBK

Gang Single Two Three 
Type Cat. No. Cat. No. Cat. No.
Brass SB3083 SB3084 SB3085
Clear Poly S3083 S3084 S3085

Carpet Flanges 
for Rectangular Floor Boxes

Cast Iron
  Threaded Conduit  
Type Gang Hub Sizes Cat. No.
Deep Single ¾”  4-way B2436
Deep Single 1”  4-way B243641
Deep Two ¾”  6-way B4233
Deep Two 1”  4-way and  B423341 
   ¾”  2-way
Deep Three ¾”  8-way B4333
Deep Three 1”  6-way B433361
Shallow Single ¾”  4-way     B2414
Shallow Two ¾”  4-way B4214
Shallow Three ¾”  6-way B4314

Stamped Steel
  Deep Box Shallow Box 
 Gang  Cat. No. Cat. No.
 Single B2431 B2421
Two B2432 B2422
Three B2433 B2423

Brass Covers 
for Rectangular Floor Boxes

Type Cat. No.
Blank S3813
Duplex Screw S3625
Duplex Flap S3825
Combination 2 1/8” x 3/4” S2425
Combination 2 1/8” x 1” S2625
StyleLine® S3826

Type Gang Cat. No.
Rectangular Single B2481
Rectangular Two B2482
Rectangular Three B2483
Round Single B2588

Rectangular Floor Boxes
Full Line Catalog Section ‘L’

Floor Boxes for Wooden Floors
Full Line Catalog Section ‘L’

Recessed Wall Boxes
Full Line Catalog Section ‘L’

Recessed Wall Box Face Plates
Full Line Catalog Section ‘L’

Recessed Wall Box Flanges
Full Line Catalog Section ‘L’

Carpet Flanges 
for Rectangular Floor Boxes

 Gang  Cat. No.
 Single PFBRG1
Two PFBRG2
Three PFBRG3

Gang  Cat. No.
 Single PFBRFGY1
Two PFBRFGY2
Three PFBRFGY3

Tile Covers 
for Non-metallic Rectangular Floor Boxes
 Type Cat. No.
Collar PFBRMC
Cover Frame PFBRFRA
Duplex/StyleLine PFBR826GYA 
Cover Plate

Metallic Cover Requirements 
for Non-metallic Rectangular Floor Boxes
 Type  Cat. No.
Adapter Collar  PFBRAC
Brass Adapter Frame  S5017G
Use with brass rectangular floor box covers

Rectangular Non-Metallic Floor Boxes
Full Line Catalog Section ‘L’

Blank
Color Cat. No.
White HBLBL300SWA
Ivory HBLBL300SI
Gray HBLBL300SGY
Black HBLBL300SBK

Hubbell Wiring Device-Kellems
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2 x 2 Flush Mount
 
 
 
 
 
 
 
 
 
 
 
Color FlangeType Cat No.
Gray Painted Aluminum PT2X2GY
Black Painted Aluminum PT2X2BL
Black Solid Brass PT2X2BRS3
Brass Solid Brass PT2X2BRS
 

2 x 2 Flush Mount, Isolated Ground
Color FlangeType Cat No.
Gray Painted Aluminum PT2X2IGGY
Black Painted Aluminum PT2X2IGBL
Black Solid Brass PT2X2IGBRS3
Brass Solid Brass PT2X2IGBRS
Includes four prewired 20A, 125V receptacles and 
four keystone openings for Hubbell jacks.

Two Piece, Low Voltage Cover
 
 
 
 
Color Type Cat No.
Brass Aluminum Flange FF2BRS
Gray Aluminum Flange FF2GY
Black Aluminum Flange FF2BK

Through Floor Fitting, Two Piece,  
Low Voltage
 
 
 
 
 
Type Cat No.
Use with FF2BRS, FF2GY  PT2FIT 
and FF2BK

4 x 4 Flush Mount 
 
 
 
 
 
 
 
 
 
 
 
 
 
Color FlangeType Cat No.
Gray Painted Aluminum PT4X4GY
Ivory Painted Aluminum PT4X4I
Black Painted Aluminum PT4X4BL
Black Solid Brass PT4X4BRS3
Brass Solid Brass PT4X4BRS
Includes four prewired 20A, 125V receptacles and 
four keystone openings for Hubbell jacks

Pedestal, Satin Anodized Aluminum
Cat. No. FR80AL

Through Floor Fitting
Cat. No. PT7XC

Opening Type Cat. No.
Blank SS309B
Duplex  SS309D
Style Line SS309DS
Single Receptacle 1.39” dia. SS309S
Furniture Feed  SS309SF
Aluminum Blank  SS309BF
Voice/Data  SS309T

Face Plates for use with Pedestal

Flush, Standard Duplex 
 
 
 
 
 
 
 
 
 
 
Color FlangeType Cat No.
Brown Painted Aluminum PT7FSDBRA
Black Painted Aluminum PT7FSDBLA
Gray Painted Aluminum PT7FSDGYA
Ivory Painted Aluminum PT7FSDIA
Brass Solid Brass PT7FSDBRS2A
Brass Partial Brass PT7FSDBRS3A
 
Flush, Isolated Ground
Color FlangeType Cat No.
Gray Painted Aluminum PT7IGFSDGYA
Ivory Painted Aluminum PT7IGFSDIA
Brass Solid Brass PT7IGFSDBRSA
Includes one duplex receptacle and two low-voltage 
knockouts.

3-Service, Flush   
 
 
 
 
 
 
 
Color Type Cat No.
Gray One-Piece PT73FFSDGY
Ivory One-Piece PT73FFSDI
 
Single-Service, Flush  
Color Type Cat No.
Gray One-Piece PT7FFSDGY
Ivory One-Piece PT7FFSDI
Aluminum Closure Plug FRP250

Height Colors Cat. No.
 10’ 2” Gray HBLPP10A
 10’ 2” Ivory HBLPP10AI
 12’ 2” Gray HBLPP12A
12’ 2” Ivory HBLPP12AI
15’ 2” Gray HBLPP15A
15’ 2” Ivory HBLPP15AI

Three-Service Pole
2 Duplex Receptacles 20A/125V,  
1 Circuit

Duplex Receptacle, 20A/125V
2 Circuits, and 1 Orange Isolated 
Ground  
Height Colors Cat. No.
 10’ 2” Gray HBLPP10IGA
 10’ 2” Ivory HBLPP10IGAI

Blank, Divided, Four Device Knockouts
Height Colors Cat. No.
 10’ 2” Gray HBLPPOA
 10’ 2” Ivory HBLPPOAI

Bus Drops, Single Eye, Wide Range 
Cable Dia.   
Range Cat. No.
.43” - .56” 073041278
.56” - .73” 073041279
.73” - .85” 073041280
.85” - 1.00” 073041281

Strain Relief Grips
Cable Dia.  Thread 
 Range Size Cat No.
.43” - .54” ½” 073031202
.54” - .73” ¾” 073031203
.73” - .97” 1” 073031204

Deluxe Cord Grips 
 
 
 
Grip Dia. Thread   Form 
Range Size Size Cat. No.
.500”-.625” ½” F2 07401010
.500”-.625” ¾” F2 07401017
.625”-.750” ¾” F3 07401018
.750”-.875” 1” F4 07401023
.875”-1.00” 1” F4 07401025

Flush Poke Throughs
Full Line Catalog Section ‘M’

Furniture Feed Poke Throughs
Full Line Catalog Section ‘M’

Pedestal Poke Throughs
Full Line Catalog Section ‘M’

Service Poles
Full Line Catalog Section ‘N’

Kellems Grips
Full Line Catalog Section ‘T’

Duplex Receptacle, 20A/125V
2 Orange Isolated Ground and 1  
Isolated Ground Surge Suppression  
20A/125V Duplex Receptacle, 1 Circuit  
Height Colors Cat. No.
 10’ 2” Gray HBLPP10SA
 10’ 2” Ivory HBLPP10SAI

Hubbell Wiring Device-Kellems
Hubbell Incorporated (Delaware)
1-203-882-4800
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50 Amp, 120/240V AC
  Receptacle Receptacle Protection 
Type Qty Ratings Components Overload GFI Cat No.
Straight Blade 6 20A, 125V HBL53R61 Yes Yes SBSB1
Twist-Lock® 1 30A, 250V HBL2620SW Yes No 
Twist-Lock (Inlet) 1 50A, 125/250V HBL6375S No No
Twist-Lock (Outlet) 1 50A, 125/250V CS6369 No No
Straight Blade 6 20A, 125V HBL53R61 Yes Yes SBSB2
Twist-Lock 1 30A, 250V HBL2620SW Yes Yes 
Twist-Lock (Inlet) 1 50A, 125/250V HBL6375S No No
Twist-Lock (Outlet) 1 50A, 125/250V CS6369 No No
Twist-Lock 6 20A, 125V HBL2310SW Yes Yes SBTL1
Twist-Lock 1 30A, 250V HBL2620SW Yes No 
Twist-Lock (Inlet) 1 50A, 125/250V HBL6375S No No
Twist-Lock (Outlet) 1 50A, 125/250V CS6369 No No
Twist-Lock 6 20A, 125V HBL2310SW Yes Yes SBTL2
Twist-Lock 1 30A, 250V HBL2620SW Yes Yes 
Twist-Lock (Inlet) 1 50A, 125/250V HBL6375S No No
Twist-Lock (Outlet) 1 50A, 125/250V CS6369 No No
60 Amp, 3∅120/208V AC
  Receptacle Receptacle Protection  
Type Qty Ratings Components Overload GFI Cat No.
Twist-Lock 6 20A, 125V HBL2310SW Yes Yes SCTL0
Pin & Sleeve (Inlet) 1 60A, 3ÆY 120/208V HBL560B9R No No
Pin & Sleeve (Outlet) 1 60A, 3ÆY 120/208V HBL560R9W No No
Straight Blade 6 20A, 125V HBL53R61 Yes Yes SCSB0
Pin & Sleeve (Inlet) 1 60A, 3ÆY 120/208V HBL560B9R No No
Pin & Sleeve (Outlet) 1 60A, 3ÆY 120/208V HBL560R9W No No

Spider Boxes    Full Line Catalog Section ‘S’

RACEWAY SYSTEMS   Full Line Catalog Section ‘O’

Cable Sets and Receptacles
Description Cat No.
50A Cord Set - 50’ Cable (input/output) SCB50
50A Pre-Wired Wall Mounted Receptacle SR50
60A Cord Set - 6’ cable (input/output) SCC06
60A Cord Set - 50’ cable (input/output) SCC50
60A 3∅120/208V Pin and Sleeve Receptacle HBL560R9W

POLYTRAK®  Raceway

Boxes
Description
Inline, 1-Gang     -     -     -     - PB3IND     -
Inline, 2-Gang     -     -     -     - PB3IND2G     -
Inline, 3-Gang     -     -     -     -     - PS3IND
Raised Inline, 1-Gang     -     -     -     - PB3FCIB PS3FCIB
Raised Inline, 2-Gang     -     -     -     - PB3FCIB2G PS3FCIB2G
Raised Inline, 3-Gang     -     -     -     - PB3FCIB3G PS3FCIB3G
Low Profile, 1-Gang     PDB12LP PT12LPB PDB12LP PDB12LP* -     -
Std. Profile, 1-Gang     PDB12S PT12SBA PDB12S PDB12S* -     -
Deep Profile, 1-Gang     PDB12D PT12DBA PDB12D PDB12D* -     -
Deep Divided, 2-Gang     PDB12TGD    - PDB12TGD PDB12TGD* -     -
Deep, 2-Gang     PDB12TGLV PT12TGB PDB12TLV PDB12TLV* -     -
* See page O-8 in full line catalog to separate power and data/communication.

Trak Series PT1 PP1 PL1 PW2 PB3 PS3
Base and Cover, 5’ PT1BC5 PP1BC5 PL1BC5 PW2BC5 PB3BC5 PSB3BC5
Base and Cover, 5’ w/adhesive PT1ABC5 PP1ABC5 PL1ABC5 PW2ABC5 - -
Base and Cover, 10’     -     -     -     - PB3BC10 PS3BC10
Flat Elbow PT1FE PP1FE PL1FE PW2FE PB3FE PS3FE
Flat Elbow*     - PP1FEBC   - PL1FEBC PW2FEBC PB3FEBC PS3FEBC
Internal Elbow PT1IE      PP1IE PL1IE PW2IE PB3IE PS3IE
Internal Elbow*     - PP1IEBC PL1IEBC PW2IEBC PB3IEBC PS3IEBC
External Elbow PT1EE      PP1EE PL1EE PW2EE PB3EE PS3EE
External Elbow*     - PP1EEBC PL1EEBC PW2EEBC PB3EEBC PS3EEBC
Tee Cover PT1TC    PP1TC PL1TC PW2TC       -      -
Tee Cover*      - PP1TCBC PL1TCBC PW2TCBC PB3TCBC PS3TCBC
Splice Cover PT1SC  PP1SC PL1SC PW2SC PB3SC PS3SC
End Cap PT1EC  PP1EC  PL1EC PW2EC PB3EC PS3EC
Conduit Adapter/Ceiling Fitting PT12CA PLP1CACF  PLP1CACF PW2CACF PB3CACF PS3CACF
Surface Panel Connector     -      -     -     - PB3SPC PS3SPC
* Indicate base and cover
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