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3.12” W

4.87”H
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IC1078GAxx¹ RJ-45, 8P8C (HD)

• High Density (HD) design
• Exceeds ANSI/TIA-568 CAT 6A standard
• Supports high bandwidth 10GbE data
• Carton/Case quantity: 50/400

IC1078S6A0 RJ-45, 8P8C, Shielded

• Exceeds ANSI/TIA-568 CAT 6A standard
• Supports 10GbE data
• Shields Electro-magnetic Interference
• Made of copper alloy
• Carton/Case quantity: 50/400

A. IC630EBSSS Blank, Single Gang
B. IC107SF1SS 1-Port, Single Gang
C. IC107SF2SS 2-Port, Single Gang
D. IC107SF3SS 3-Port, Single Gang
E. IC107SF4SS 4-Port, Single Gang
F. IC107SF6SS 6-Port, Single Gang
• Carton/Case quantity: 25/200

IC107R6Gxx¹ Red Insert 50/400

IC107G6Gxx¹ Green Insert 50/400

IC107L6Gxx¹ Blue Insert 50/400

IC107B6Gxx¹ White Insert 50/400

IC107Y6Gxx¹ Yellow Insert 50/400

IC107K6Gxx¹ Black Insert 50/400

IC107RR5xx¹ Component A/V 5-Pack 

IC1078L6xx¹ RJ-45, 8P8C (EZ) 

• Pair-to-Pair wiring, easy termination
• Exceeds ANSI/TIA-568 CAT 6 standard
• Category 6 Component-Rated
• Carton/Case quantity: 50/400

A. IC107S01xx¹ 1-Port, Single Gang
B. IC107S02xx¹ 2-Port, Single Gang
C. IC107S03xx¹ 3-Port, Single Gang
D. IC107S04xx¹ 4-Port, Single Gang
E. IC107S06xx¹ 6-Port, Single Gang

• Accepts label dimensions up to 1.7” x 0.4”
• Carton/Case quantity: 25/200

A. IC107DA1xx¹ 1-Port, Angled, Single
B. IC107DA2xx¹ 2-Port, Angled, Single
C. IC107DA4xx¹ 4-Port, Angled, Single

• Angled ports reduce cable stress
• Carton/Case quantity: 25/200

IC107RFGxx¹ Red Insert  50/400

IC107GFGxx¹ Green Insert 50/400

IC107LFGxx¹ Blue Insert 50/400

IC107BFGxx¹ White Insert 50/400

IC107YFGxx¹ Yellow Insert 50/400

IC107KFGxx¹ Black Insert 50/400

IC107RF5xx¹ Component A/V 5-Pack 

IC1078F6xx¹ RJ-45, 8P8C (HD)

• High Density (HD) design
• Rear split back IDC termination
• Exceeds ANSI/TIA-568 CAT 6 standard
• Category 6 Component-Rated
• Carton/Case quantity: 50/400

IC107R8Gxx¹ Red Insert 50/400

IC107G8Gxx¹ Green Insert  50/400

IC107L8Gxx¹ Blue Insert 50/400

IC107B8Gxx¹ White Insert 50/400

IC107Y8Gxx¹ Yellow Insert 50/400

IC107K8Gxx¹ Black Insert 50/400

IC107RD5xx¹ Component A/V 5-Pack

IC107L6Cxx¹ RJ-45, 8P8C (EZ), 25 Pk

IC107F6Cxx¹ RJ-45, 8P8C (HD), 25 Pk

• Exceeds ANSI/TIA-568 CAT 6 standard
• Category 6 Component-Rated
• Resealable bag for easy storage 

A. IC107DFSxx¹ 1-Insert, Single   25/200

B. IC107DFDxx¹ 2-Inserts, Double 25/200

C. IC107DFTxx¹ 3-Inserts, Triple   50/200

IC107DFQxx¹ 4-Inserts, Quad  25/100

• ABS plastic
• Works with Decorex Inserts

IC1078S600 RJ-45, 8P8C, Shielded 

• Exceeds ANSI/TIA-568 CAT 6 standard
• Screen Twisted Pair (ScTP) 
• Shields Electro-magnetic Interference
• Made of copper alloy
• Carton/Case quantity: 50/400

A. IC630DIBxx² Blank Insert
B. IC107DI2xx¹ 2-Port Insert
C. IC107DI3xx¹ 3-Port Insert
D. IC107DI4xx¹ 4-Port Insert (HD)
E. IC107DI6xx¹ 6-Port Insert (HD)
• ABS plastic
• Carton/Case quantity: 50/400

A. IC107CP6BK CAT 6, RJ-45, 8P8C 
IC107C5EBK CAT 5e, RJ-45, 8P8C

B. IC107C6Sxx¹ RJ-11, 6P6C, Pin 1-6 
IC107C6Rxx¹ RJ-11, 6P6C, Pin 1-1

• Allows data cabling to be extended
• Carton/Case quantity: 50/400

A. ICRDSV05xx¹ 
   RJ-11, 6P6C & RJ-45, 8P8C, CAT 5e 
B. ICRDSVF0xx¹
   RJ-11, 6P6C & F-Type
C. ICRDS0F5xx¹ 
   RJ-45, 8P8C, CAT 5e & F-Type
• Carton/Case quantity: 30/120

D. ICRDSVF5xx¹ 
   RJ-11, 6P6C, CAT 5e & F-Type
E. ICRDSV25xx¹ 
   RJ-11, 6P6C, CAT 5e & 2 F-Type
F. ICRDS2F5xx¹ 
   2 CAT 5e & 2 F-Type
• Carton/Case quantity: 25/100

A. IC107DR2xx¹ 1-VGA with 2-Ports 
B. IC107DR4xx² 1-VGA with 4-Ports

• 15-Pin VGA Connector Female-to-Female
• Includes inserts for open ports
• Carton/Case quantity: 25/200

IC107B3Gxx¹ Nickel Plated, 50 Ohm 
IC107BNCxx¹ Nickel Plated, 75 Ohm

• Female-to-Female
• Nickel plated 
• For CCTV, video, satellite
• For use with RG-6 & RG-59 coax cables
• Carton/Case quantity: 50/400

IC107BGCWH 2 GHz, Gold, 25 Pack
IC107BFCWH 2 GHz, Nickel, 25 Pack

• Female-to-Female
• For use with RG-6 & RG-59 coax cables
• Resealable bag for easy storage

IC1078E5xx¹ RJ-45, 8P8C (EZ)

• Pair-to-Pair wiring, easy termination
• Exceeds ANSI/TIA-568 CAT 5e standard
• Category 5e Component-Rated
• Carton/Case quantity: 50/400

A. IC107DSCxx¹ Front Push Buttons

• Crimp-on rear wire terminals
• Carton/Case quantity: 50/400

B. IC107DSBxx² Front & Rear Push Buttons

• No termination required
• Carton/Case quantity: 50/400

IC1076V0xx¹ RJ-11, 6P6C (EZ)

• Pair-to-Pair wiring, easy termination
• Designed for voice and low speed data
• Accepts 22~24 AWG solid wire
• Carton/Case quantity: 50/400

A. IC630EGGxx¹ (2) F-Type
B. IC630E60xx¹ RJ-11, 6P6C
C. IC630EG0xx¹ F-Type
D. IC630E6Gxx¹ RJ-11, 6P6C & F-Type

IC630E66xx¹ (2) 6P6C

A. IC630S60xx¹ RJ-11, 6P6C
B. IC630SG0xx¹ F-Type
C. IC630S6Gxx¹ RJ-11, 6P6C & F-Type
D. IC630S66xx¹ (2) RJ-11, 6P6C

A. IC630DB6xx¹ 
   RJ-11, 6P6C, Rear Screw Terminals
B. IC630SS6xx¹ 
   RJ-11, 6P6C, Rear IDC Termination
C. IC630DA6S2S 
   RJ-11, 6P6C, Rear IDC Termination, Steel

A. IC107UAAWH Type A to Type A
B. IC107UABWH Type A to Type B

• Female-to-Female
• For connecting between computers 

and peripheral devices
• Carton/Case quantity: 50/400

IC107B9Gxx¹ Gold Plated, 3GHz
IC107B9Fxx¹ Nickel Plated, 3GHz

• Female-to-Female
• Threaded for secure connections
• For use with RG-6 & RG-59 coax cables
• Carton/Case quantity: 50/400

IC107B5Gxx¹ Gold Plated, 2GHz
IC107B5Fxx¹ Nickel Plated, 2GHz

• Female-to-Female
• Threaded for secure connections
• For use with RG-6 & RG-59 coax cables
• Carton/Case quantity: 50/400

A. IC107FM3xx¹ 3-Port, EZ
B. IC107FN4xx¹ 4-Port, NEMA, HD
C. IC107FT4xx¹ 4-Port, TIA, HD
D. IC108UF4xx¹ 4-Port, Universal

• ABS plastic for durability

A. IC107F01xx¹ 1-Port, Single Gang
B. IC107F02xx¹ 2-Port, Single Gang
C. IC107F03xx¹ 3-Port, Single Gang
D. IC107F04xx¹ 4-Port, Single Gang
E. IC107F06xx¹ 6-Port, Single Gang

• Carton/Case quantity: 25/200 
• ABS plastic

IC107F1Cxx² 1-Port, Single, 25 Pack
IC107F2Cxx² 2-Port, Single, 25 Pack
IC107F3Cxx² 3-Port, Single, 25 Pack
IC107F4Cxx² 4-Port, Single, 25 Pack

IC1078F5xx¹ RJ-45, 8P8C (HD)

• High Density (HD) design
• Rear split back IDC termination
• Exceeds ANSI/TIA-568 CAT 5e standard
• Category 5e Component-Rated
• Carton/Case quantity: 50/400

A. IC630DI6xx¹ RJ-11, 6P6C
B. IC630DD6xx¹ (2) RJ-11, 6P6C
C. IC630DVFxx¹ RJ-11, 6P6C, & F-Type

A. IC630DSFxx¹ F-Type
B. IC630DDFxx¹ (2) F-Type
C. ICRDS3RFxx¹ (3) RCA & (1) F-Type

• Female to Female F-Type connectors

IC107PMGxx¹ Gold Binding Post

• Gold plated
• Accepts speaker wire up to 8 AWG 
• Compatible with banana plugs
• Come in pairs, 1 red & 1 black
• Carton/Case quantity: 50/400

IC1076F0xx¹ RJ-11, 6P6C (HD)

• High Density (HD) design
• Rear split back IDC termination
• Designed for voice and low speed data
• Accepts 22~24 AWG solid wire
• Carton/Case quantity: 50/400 

A. IC107FD8xx¹ 8-Port, Double Gang
B. IC107F12xx¹ 12-Port, Double Gang
C. IC630EBDxx³ Blank, Double Gang
D. IC107FT9xx² 9-Port, Triple Gang
E. IC107FT0xx² 12-Port, Triple Gang
• Carton/Case quantity: 25/100

IC107E5Cxx¹ RJ-45, 8P8C (EZ), 25 Pk
IC107F5Cxx¹ RJ-45, 8P8C (HD), 25 Pk

• Exceeds ANSI/TIA-568 CAT 5e standard
• Category 5e Component-Rated
• Resealable bag for easy storage 

IC107BSSBK Spring Clip

• Simple spring design
• Easy to insert speaker wires
• Accepts speaker wire up to 12 AWG 
• Come in pairs, 1 red & 1 black
• Carton/Case quantity: 50/400

IC1076VCxx¹ RJ-11, 6P6C (EZ), 25 Pk
IC1076FCxx¹ RJ-11, 6P6C (HD), 25 Pk

• Designed for voice and CAT 3 data
• Resealable bag for easy storage 

A. IC635DS4xx¹ RJ-45, 8P4C with RJ31X
IC635DS8xx¹ RJ-45, 8P8C with RJ31X
IC625SB6xx¹ RJ-11, 6P6C
IC625SB8xx¹ RJ-45, 8P8C

A. IC630EB0xx¹ Blank Faceplate, Single
• Conceals unused wall outlets

B. IC107BN0xx² Blank Module, 10 Pack

• Cover unused ports 
• Carton/Case quantity: 25/200

A. IC107DH2xx¹ Single, 2 Open Ports
B. IC107DDHxx¹ Double, 2 Open Ports

• Female-to-Female gold plated
• High-Defi nition video up to 1080p
• Includes inserts for open ports
• Carton/Case quantity: 25/200

A. IC107HDMxx¹ HDMI Connector

• Female-to-Female
• Gold plated connectors
• High-Defi nition video up to 1080p
• Carton/Case quantity: 50/400

CAT 6A UTP 10G Modular Connectors

CAT 6A FTP 10G Modular Connector

Classic Stainless Steel Faceplates

RCA Female-to-Female Connectors

CAT 6 EZ Modular Connectors

Classic Station ID FaceplatesClassic Angled Faceplates 

RCA Female to F-Type Connectors

CAT 6 HD Modular Connectors

RCA Female to IDC Connectors

CAT 6 Modular Connectors

Décorex™ Flush Mount Faceplates

CAT 6 ScTP Modular Connector

Décorex™ Inserts (Confi gurable)

Modular Couplers

IDC Integrated Faceplates

Décorex™ RGB-VGA Inserts

BNC Video Modular Connectors

F-Type Modular Connectors

CAT 5e EZ Modular Connectors

Dual Audio Speaker Connectors

CAT 3 Voice EZ Modular Connectors

Screw-Terminated Wall Plates Screw-Terminated Designer Wall Plates

Telephone Wall Plates USB 2.0 Modular Couplers

F-Type Modular Connectors F-Type Modular Connectors

Confi gurable Furniture Faceplates Classic Faceplates

CAT 5e HD Modular  ConnectorsDécorex™ Integrated Voice & Video Inserts Décorex™ Integrated Voice & Video Inserts

Audio Speaker Connectors

CAT 3 Voice HD Modular Connectors Classic Faceplates

CAT 5e Modular Connectors

Audio Speaker Connectors

CAT 3 Modular Connectors

Screw-Terminated Surface Mount Jacks

Blank Faceplate & Modules

Décorex™ HDMI InsertsHDMI Modular Connectors

A. ICRESDPA1C CAT 5e
B. ICRESDPB1C CAT 6

• 8-Port, supports up to 8 computers
• Steel metal bracket
• 1 mounting space

A. ICRESDPA2C CAT 5e
B. ICRESDPB2C CAT 6

• 8-Port, supports up to 8 computers
• ABS plastic bracket
• 1 mounting space

ICRESAV42C 1 input x 4 output
ICRESAV62C 1 input x 6 output
ICRESAV82C 1 input x 8 output

• 2 GHz, 5-2300 MHz bandwidth
• Steel metal bracket
• 1 mounting space

ICRESVPA1C Voice

• 8-Port bridged with RJ-31x
• Steel metal bracket
• 1 mounting space

ICRESVPB2C Deluxe
ICRESVPB1C Premier

• For 8 additional extensions
• 1 mounting space

ICRESVPA2C Voice

• 8-Port bridged with RJ-31x
• ABS plastic bracket
• 1 mounting space

ICRESAV42L 1 input x 4 output
ICRESAV62L 1 input x 6 output
ICRESAV82L 1 input x 8 output

• 2 GHz, 5-2300 MHz bandwidth
• Lightweight metal bracket
• 1 mounting space

ICRESBMP04 4-Port, EZ
ICRESBMP06 6-Port, HD

• Confi gure with ICC modular connectors
• Lightweight metal bracket
• 1 mounting space

ICRESDC14E Enclosure 
• 14.25” W x 14” H x 3.68” D
• 20 Gauge steel
• Holds up to 8 mounting spaces
• Includes hinged door

ICRESDC21E Enclosure 
• 14.25” W x 21” H x 3.68” D
• 20 Gauge steel
• Holds up to 12 mounting spaces
• Includes hinged door

ICRESDC28E Enclosure 
• 14.25” W x 28” H x 3.68” D
• 20 Gauge steel
• Holds up to 18 mounting spaces
• Includes hinged door

ICRESDC42E Enclosure 
• 14.25” W x 42” H x 3.68” D
• 20 Gauge steel
• Holds up to 26 mounting spaces
• Includes hinged door

Premier Data Modules

Deluxe Data Modules

Premier Video Splitter ModulesPremier Telephone Module

Telephone Expansion ModulesDeluxe Telephone Modules Deluxe Video Splitter Modules

Multimedia Bracket

14” Net.Media Centers 

Mini Combo Net.Media™ Center 

21” Net.Media Centers 28” Net.Media Centers 42” Net.Media Centers 

A. IC107SB1xx¹  1-Port Box
B. IC107SB2xx¹  2-Port Box

• Comes unloaded
• Confi gurable with ICC modular connectors
• 25 Packs come with reusable box

IC107BC1xx²  1-Port Box, 25 Pack
IC107BC2xx²  2-Port Box, 25 Pack

C. IC107SB4xx² 4-Port Box
D. IC107SB6xx² 6-Port Box
E. IC107SBTxx² 12-Port Box

A. IC107MRSxx¹ Single Gang
B. IC107MRDxx¹ Double Gang

• 1.89” Deep
• Same size as standard single and double 

gang NEMA electrical boxes

A. ICACSMBSxx¹ Single Gang
B. ICACSMBDxx¹ Double Gang

• 1.89” Deep
• 2-piece design

Classic Surface Mount Boxes

Mounting Boxes Junction Boxes

A. IC640BSSWH Single Gang
• 0.90”D x 1.25”W Opening

B. IC640BDSWH Double Gang
• 1.15”D x 2.75”W Opening

• Allows bundled cables to pass through

IC107LF1xx¹ 1-Port, Single Gang 
IC107LF2xx¹ 2-Port, Single Gang

A. IC107LF3xx¹ 3-Port, Single Gang
IC107LF4xx¹ 4-Port, Single Gang
IC107LF6xx¹ 6-Port, Single Gang

• Height: 4.87” & Width: 3.12”
• Carton/Case quantity: 25/200

Bulk Wire Nose FaceplatesClassic Oversized Faceplates

A. IC107FFWSS 1-Port, Stainless Steel
B. IC107FFWxx¹ 1-Port, ABS Plastic

• For wall mounting telephones
• Connectors mount fl ush with faceplate

A. IC107FRWxx¹ 1-Port, Single, Plastic
B. IC107FWPxx² 1-Port, Single, Standoff
C. IC107FRWSS 1-Port, Stainless Steel

• For wall mounting telephones
• Recessed to accommodate cable

Flush Telephone Wall Plates Recessed Telephone Wall Plates

IC107MB6BK 6-Port, Unloaded

• Confi gure with ICC modular connectors
• Multiple mounting options with screws 

or optional magnets

ICMPPMB606 CAT 6, 6-Port, Loaded
ICMPPMB506 CAT 5e, 6-Port, Loaded

• Compact design allows for quick and 
easy installations

• Ideal for: under fl oor, ceiling suspension, 
mobile and multi-port work areas

Confi gurable Mobile Patch Box CAT 6 & CAT 5e Mobile Patch Boxes
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ICRDSMMBK1 

• Cover & base

• ABS plastic

• 6.5”W x 7.5”H x 3.5”D

• Telephone module

• CAT 5e data module

• 1 input x 4 output CATV module

• Surface mount

ICRESDC9PEK  

• Cover & base

• ABS plastic

• 15.10”W x 9.4”H x 4.9”D

• 8-Port telephone module

• 8-Port CAT 6 data module

• 1 input x 6 output CATV module

• Surface or stud mount

9” Combo Net.Media™ Center

ICRESDC14K 

• Cover & base

• 20 Gauge steel

• 14.25”W x 14”H x 3.68”D

• 8-Port telephone module

• 8-Port CAT 6 data module

• 1 input x 6 output CATV module

• Hinged door

• Stud mount

14” Combo Net.Media™ Center

A.  B.

A.  B. A.  B.

A.  B.

A.  B.

A.     B.                                      C.                                     D.                                       E.       

A.              B.              C.                    D.                   E.  

A.        B.                   C. 

D.        E.                  

A.        B.                   C. 

A.        B.                   C. 

A.        B.                  

D.        E.                   F.    

A.      B.             C. 

D.      E.         

A.  B.  

¹xx denotes housing color = AL, BK, IV, WH ¹xx denotes housing color = AL, BK, GY, IV, WH

¹xx denotes housing color = BK, GY, IV, WH

¹xx denotes color = AL, BK, GY, IV, WH

¹xx denotes color = AL, IV, WH

¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL

¹xx denotes color = IV, WH ¹xx denotes color = IV, WH

¹xx denotes color = IV, WH
S2 denotes material= Stainless Steel

¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL ¹xx denotes color = IV, WH

¹xx denotes color = IV, WH
¹xx denotes color = AL, BK, IV, WH

²xx denotes color = IV, WH

¹xx denotes color = AL, IV, WH
²xx denotes color = AL, BK, GY, IV, WH

¹xx denotes color = AL, BK, GY, IV, WH 
²xx denotes color = IV, WH

¹xx denotes color = AL, BK, GY, IV, WH
²xx denotes color = GY, IV, WH
³xx denotes color = AL, IV, WH

color = White Only

color = Black Only¹xx denotes housing color = AL, BK, IV, WH
¹xx denotes housing color = AL, BK, IV, WH

²xx denotes housing color = IV, WH

¹xx denotes color = BK, BL, IV, OR, RD, WH¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL¹xx denotes color = AL, IV, WH ¹xx denotes color = AL, IV, WH ¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL

¹xx denotes color = AL, BK, IV, WH
²xx denotes colors = IV, WH

¹xx denotes color = AL, BK, IV, WH
²xx denotes colors = AL, IV, WH

¹xx denotes color = BL, WH

Material = 304 Stainless Steel

¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL

¹xx denotes color = IV, WH¹xx denotes color = IV, WH

¹xx denotes color = AL, BK, BL, GN, GY, IV, OR, PR, RD, WH, YL ¹xx denotes color = BK, BL, IV, OR, RD, WH

¹xx denotes color = AL, BK, IV, WH

Carton/Case

¹xx denotes housing color = AL, BK, IV, WH

Carton/Case Carton/Case Carton/Case

¹xx denotes housing color = AL, BK, IV, WH ¹xx denotes housing color = AL, BK, IV, WH

¹xx denotes color = AL, BK, IV, WH¹xx denotes color = AL, BK, IV, WH

¹xx denotes color = BK, GY, IV, WH

color = WH Only

A.

A.

A.                                      B.                                                   C.                                                                       D.                                                                                     E. 

A.  B.

C.  D.

A.       B.                                   C.                      

A.       B.                                   C.                      

A. B.                         C.                      

D.       E.                                   F.                      

A. B.                       C.                                               A. B.                       C.                                             

A.                  B.                                             

A.                  B.                                             

A.                 B.                                    C. 

color = White Only¹xx denotes color= AL, IV, WH

¹xx denotes color = AL, BK, IV, WH

A. B.

A. B.                         C.                       D. A. B.                         C.                       D. 

A.  B. A.  B. 

¹xx denotes color = IV, WH ¹xx denotes color = IV, WHcolor = Black Onlycolor = Black Only

¹xx denotes color = GY, IV, WH
²xx denotes color = IV, WH

TM

TM

TM

TM

TM

TM

TM

TM TM

TM
TM
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ICCMSSGR21 27”H,12RMS
ICCMSSGR22 41”H, 20RMS

• 20.5” W x 19” D
• Steel construction, strong & durable
• Gate swings open, left or right
• 150 lbs. weight capacity

ICCMSCMPB1 1.75”H x 19”W, 1RMS
ICCMSCMPB2 3.5”H x 19”W, 2RMS
ICCMSCMPB3 5.25”H x 19”W, 3RMS

• Blank panels fi ll empty spaces between 
mounted equipment

• 19” EIA mounting width

A. ICCMSLST05 5’ Runway Section
B. ICCMSLST10 10’ Runway Section

• Supports horizontal running cable

ICCMSJHK22 3/4” J-Hook
ICCMSJHK33 1 5/6” J-Hook
ICCMSJHK44 2” J-Hook
ICCMSJHK55 4” J-Hook

• Alternative solution to cable trays or 
ladder runway rack systems

ICCMSCBARM 19” - 23”, 1RMS
ICCMSCBBRM 19” - 23”, 2RMS

• Convert 19” to fi t 23” applications
• Offset bracket design maintains fl ush 

mounting of panels

ICCMSCMPL1 6”W x 0.95”H Bracket

• Mounts to any EIA compliant hole 
spacing for custom vertical or horizon-
tal cable management

A. IC110CB3PR 3-Pair, 10 Pack
B. IC110CB4PR 4-Pair, 10 Pack
C. IC110CB5PR 5-Pair, 10 Pack

• Supports Category 5e data
• Color coded for termination
• Works with 110 wiring blocks

ICMB89B0WH 89B Bracket
• For use with 66-Wiring Blocks

ICMB89D0WH 89D Bracket
• For vertical USOC, blank panels

ICMB89U0WH 89U Bracket
• For vertical CAT 6, CAT 5e, patch panels

ICPCSGzzBL¹ 4-Pair, FTP 

• Meets TIA-568 Category 6A component 
specifi cation

• Flexible snag free strain relief boots 
help maintain proper bend radius

ICPCSKzzxx¹ 4-Pair, UTP

• Meets TIA-568 Category 6 component 
specifi cation

ICPCSDzzBL¹ 25 Pack (01, 03, 05,  
 07, 10 ft.) Blue Only

ICPCSJzzxx¹ 4-Pair, UTP  

• Meets TIA-568 Category 5e component 
specifi cation

ICPCSCzzBL¹ 25 Pack (01, 03, 05,  
 07, 10 ft.) Blue Only

ICFODE41WM 4-Panel with Lock

• Integrated cable slack management 
spools

IC066NB050 66 Wiring Block
• Designed for voice applications (50-Pair)
• Case Quantity: 25

ICMB89B0WH 89B Bracket
IC066CV050 66 Block Cover
IC066BRCLP Clip, 100 pc/Pack

ICCMSCMA42 Single Sided, 2RMS

• 3.15”H x 3.15”D, Front only
• Flexible plastic fi ngers with steel base
• Includes slide-on cover
• 19” EIA mounting width

ICCMSCMA41 Single Sided, 1 RMS

• 1.58”H x 3.15”D, Front only
• Flexible plastic fi ngers with steel base
• Includes slide-on cover
• 19” EIA mounting width

ICCMSHDS20 20” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 250 lbs.

ICCMSCMA61 Dual Ducts, 1RMS

• 1.58”H x 3.15”D, Front 
• 1.58”H x 3.94”D, Rear
• Flexible plastic fi ngers with steel base
• Includes slide-on cover
• 19” EIA mounting width

ICCMSCMA62 Dual Ducts, 2RMS

• 3.15”H x 3.15”D, Front 
• 3.15”H x 3.94”D, Rear
• Flexible plastic fi ngers with steel base
• Includes slide-on cover
• 19” EIA mounting width

ICCMSRDS20 20” Deep, 2RMS
ICCMSRDS30 30” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 125 lbs.
• Works with 2-Post racks only

ICCMSRSF10 10” Deep, 2RMS
ICCMSRSF15 15” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 75 lbs.

A. ICCMSR1984 7’H, 45 RMS, 2-Post, Black Aluminum
ICCMSR1972 6’H, 38 RMS, 2-Post, Black Aluminum

B. ICCMSR1948 4’H, 24 RMS, 2-Post, Black Aluminum
C. ICCMSR4P84 7’H, 45 RMS, 4-Post, Black Aluminum
D. ICCMSCMRH7 7’H, 44 RMS, Cable Management Rack, Black Steel with frame

• 19” rack mount width
• Light weight & durable
• Fast & easy to install
• Rack Mount Unit (RMU) markings on rails
• Mounts to concrete fl oor with optional anchor kit (ICCMSRFLKT)

A. ICCMSCMA84  78”H Front Slotted Ducts, Single-sided, Flat mount   
 ICCMSCMA81  78”H Front Slotted Ducts, Single-sided, Side mount   
 ICCMSCMA21  35”H Front Slotted Ducts, Single-sided, Side mount

B. ICCMSCMA82  78”H Front/Rear Ducts, Double-sided, Center mount  
 ICCMSCMA22  35”H Front/Rear Ducts, Double-sided, Center mount
C. ICCMSCMA83  78”H Front/Rear Slots, Double-sided, Side mount   
 ICCMSCMA23  35”H Front/Rear Slots, Double-sided, Side mount

D. ICCMSCC6BK  6.5’H Vertical Cable Channel
E. ICCMSCCVBK  3’H Cover (1 pack, 2 required to cover ICCMSCC6BK)

A. ICCMSCMA51  1.75”H x 19”W, 1RMS
B. ICCMSCMA52  3.5”H x 19”W, 2RMS
C. ICCMSCMA31  1.75”H x 19”W, 1RMS
D. ICCMSCMA32  3.5”H x 19”W, 2RMS
E. ICCMSCMC01  Plastic Cover, 1RMS
F. ICCMSCMC02  Plastic Cover, 2RMS

• Conceals cables with optional plastic 
covers 

A. ICACSV08xx¹ 8” x 0.5”, 10pcs/Pack 
ICACSV12xx¹ 12” x 0.5”, 10pcs/Pack
ICACSVB8BK 8”, 100pcs/Pack
ICACSVBTBK¹ 12”, 100pcs/Pack

B. ICACSV75xx² 75 Ft x 0.5”, Roll
• Makes cable management and color-

coding identifi cation easy and quick

A. ICFOJ1G7zz OM3, 10G, LC/LC
B. ICFOJ8G7zz OM3, 10G, SC/SC
C. ICFOJ7C5zz Single-mode, ST/ST
D. ICFOJ4T6zz 62.5/125µm, MT-RJ/MT-RJ

• TIA-568 Compliant

ICCABP6FBL 4-Pair, 23 AWG, CMP
ICCABR6FBL 4-Pair, 23 AWG, CMR

• Exceeds TIA-568 Category 6A standard

E. ICCMSCMPR1 1.70” Single, Vertical
F. ICCMSCMPR2 3” Single, Vertical
G. ICCMSCMPR3 3” Double, Vertical
H. ICCMSCMPR4 6” Double, Vertical

• Metal rings to manage cables            
vertically or horizontally

ICPCSSzzGY¹ 4-Pair, FTP

• Shielded construction reduces EMI/RFI 
interference

IC06626P4C (12) RJ-11 6P4C Ports
IC06686P6C (8) RJ-11 6P6C Ports
IC06628P8C (12) RJ-45 8P8C Ports

• Pre-terminated
• Quick patching with patch cords
• Includes mounting bracket
• Includes removable hinged cover

ICACSS8Kxx¹ 8”, 18lbs, 1000pcs/Pack

ICACSM8Kxx¹ 8.5”, 40lbs, 1000/Pack

ICACSL7Kxx¹ 7.5”, 50lbs, 1000/Pack

ICACSL1Kxx¹ 11”, 50lbs, 1000pcs/Pack

• 1000 pieces per pack

A. ICCMSCMP51 3.5”H x 19”W, 1RMS
B. ICCMSCMP52 3.5”H x 19”W, 2RMS
C. ICCMSCMP31 1.75”H x 19”W, 1RMS
D. ICCMSCMP32 3.5”H x 19”W, 2RMS

• Metal design offers durability 

ICCABP6Exx¹ 4-Pair, 23 AWG, CMP
ICCABR6Exx² 4-Pair, 23 AWG, CMR

• Exceeds TIA-568 Category 6 standard

A. ICCMSHBCVR Wall Mount Bracket Cover

B. ICCMSHB1RS 1.75”H, 1RMS
C. ICCMSHB2RS 3.5”H, 2RMS
D. ICCMSHB4RS 5.25”H, 4RMS
E. ICCMSHB6RS 10.5”H, 6RMS
• 19” W x 6” D
• Hinged design, easy rear access
• Steel construction, strong & durable

ICCMSWMUR5 Utility Rack, 5RMS

• For limited space

IC066DFT50 Dual Female Telco
IC066SFT25 Single Female Telco

• Pre-terminated
• 25-Pair female Telco connectors
• Includes mounting bracket
• Includes removable hinged cover

ICMP8P8C6E 8P8C, CAT 6
ICMP8P8C6S 8P8C, CAT 6 Shielded
ICMP8P8C5E 8P8C, CAT 5e Stranded
ICMP8P8CRD 8P8C, Oval Stranded
ICMP8P8CFT 8P8C, Flat Stranded
ICMP8P8SRD 8P8C, Oval Solid
ICMP6P6SRD 6P6C, Oval Solid
ICMP6P6CFT 6P6C, Flat Stranded
ICMP4P4CHS 4P4C, Flat Stranded 

ICACSPDTEH EZ & HD Terminator

• Terminates and cuts 4-Pairs of UTP wire 
simultaneously making installations 
faster and easier

• Interchangeable termination heads 
to punch-down both HD & EZ style 
modules

ICCMSWMR08 17.25”H, 8RMS
ICCMSWMR15 30”H, 15RMS
ICCMSWMR30 56.25”H, 30RMS

• 19.75” W x 18” D
• One-piece design, easy installation
• Steel construction, strong & durable

ICPCSTMMzz¹ Male-to-Male
ICPCSTFFzz¹ Female-to-Female 
ICPCSTFMzz¹ Female-to-Male

• 90 degree style 50-Pin Telco Connectors
• CMR rated

ICFORE31RM 3-Panel, 1RMS
A. ICFORE62RM 6-Panel, 3RMS
B. ICFORET4RM 12-Panel, 4RMS

• Integrated cable slack management 
spools

ICCMSRDV20 20” Deep, 2RMS
ICCMSRDV30 30” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 50 lbs.
• Works with 2-Post racks only

ICCMSRSV10 10” Deep, 2RMS
ICCMSRSV15 15” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 50 lbs.

ICCMSRKSMT 10” Deep, 3RMS

• Steel construction, strong & durable
• 19” EIA mounting width
• 18.25” fully extended

ICCMSRKLST 10” Deep, 3RMS

• Steel construction, strong & durable
• Holds full size keyboard
• 19” EIA mounting width
• Weight capacity: 25 lbs.

A. ICCMSRFV32 32” Deep, 2RMS
B. ICCMSRAS30 Adjustable, 27”~32”, 
 2 RMS  
• Steel construction, strong & durable
• 19” EIA mounting width
• Weight capacity: 125 lbs.
• Works with 4-Post racks only

ICCABP6ABL 4-Pair, 23 AWG, CMP
ICCABR6ABL 4-Pair, 23 AWG, CMR

• Exceeds TIA-568 Category 6A standard

G. ICCMSCMPR7 3” Single, Universal
H. ICCMSCMPR8 3” Double, Vertical
I.  ICCMSCMPR9 3” Double, Horizontal
J. ICCMSCMPR5 1.25” Single, Vertical
K. ICCMSCMPR6 1.25” Single, Horizontal

• Manages cables vertically or horizontally

A. ICCMSFCMRP Front, 3” Deep
B. ICCMSRCMRP Rear, 5” Deep

• Provides cable support in front or back 
of patch panels without taking up 
extra rack space

ICCABP5Exx¹ 4-Pair, 24 AWG, CMP
ICCABR5Exx¹ 4-Pair, 24 AWG, CMR

• Exceeds TIA-568 Category 5e standard

ICACSPDT00 Single Blade Tool

• Designed for both 110-Type IDC and 
66 singe-wire termination, both blades 
included

ICCMSVHB06 12.75”H x 12”D, 6RMS
ICCMSVHB08 16.25”H x 12”D, 8RMS 
ICCMSVHB18 16.25”H x 18”D, 8RMS

• 19.75” W
• One-piece design, easy installation
• Steel construction, strong & durable

A. ICFOPT16BK ST, Metal, Simplex
B. ICFOPC16BK SC, Metal, Duplex
C. ICFOPB00BK Blank
D. ICFOPS16BK SC, Metal, Simplex
E. ICFOPC26BK SC, Ceramic, Duplex
F.  ICFOPL16BK LC, Ceramic, Duplex 

Wall Mount Swing Gate Racks Blank Panels

Ladder Rack Runway Wall Mount J-Hooks Rack Conversion Brackets “L” Bracket Panel

110 Connecting Blocks

Wall Mount Brackets

CAT 6A 10G Patch Cords CAT 6 Patch Cords CAT 5e Patch Cords 

Fiber Optic Wall Mount Enclosure66-Wiring Block Pre-wired 66-Wiring Blocks

Horizontal Single-Sided Duct PanelsHorizontal Single-Sided Duct Panels

Heavy Duty Rack Shelf

Horizontal Double-Sided Duct Panels Horizontal Double-Sided Duct Panels

Solid Bottom Double Rack ShelvesSolid Bottom Rack Shelves

2-Post & 4-Post Distribution Racks Vertical Slotted Ducts & Cable Channel Cable Management Plastic Rings & Panels 

Velcro® Cable Ties

Fiber Optic Jumpers

CAT 6A 650 MHz 10G FTP Premise Cables

CAT 5e Shielded Patch Cords 

Pre-Wired 66 Wiring Blocks

Nylon Cable Ties (Natural & Black)

Cable Management Metal Rings & Panels CAT 6e 600 MHz UTP Premise Cables

Utility Wall Mount BracketWall Mount Hinged Brackets Telephone & Data Plugs

JackEasy™ Termination ToolWall Mount Racks

CAT 3 25-Pair Telco Cables

Fiber Optic Rack Mount Enclosures

Vented Bottom Double Rack ShelvesVented Bottom Rack Shelves

Keyboard Tray With Mouse Pad LCD Monitor Shelf With Sliding Tray 4-Post Vented & Solid Rack Shelf

CAT 6A 650 MHz 10G UTP Premise Cables

Extended Bracket Panels 

CAT 5e 350 MHz UTP Premise Cables

Single Blade Punch-Down ToolWall Mount Pivoting Brackets

Fiber Optic Adapter Panels

IC107BP241 24-Port, 1RMS, HD
IC107BP482 48-Port, 2RMS, HD

• High Density (HD) design
• Confi gure with HD connectors only
• 19” EIA mounting width

IC107BP012 12-Port, 1RMS
IC107BP016 16-Port, 1RMS
IC107BP024 24-Port, 2RMS
IC107BP032 32-Port, 2RMS

• Confi gure with EZ connectors
• 19” EIA mounting width

ICMPP024U6 24-Port, RJ-11, 1RMS
ICMPP048U6 48-Port, RJ-11, 2RMS

• Rear 110-type IDC termination
• Category 3, USOC wiring
• 19” EIA mounting width

ICMPP02460 24-Port, RJ-45, 1RMS
ICMPP04860 48-Port, RJ-45, 2RMS

• Rear 110-type IDC termination
• Exceeds ANSI/TIA-568 CAT 6 standard
• 19” EIA mounting width

ICMPP0245E 24-Port, RJ-45, 1RMS
ICMPP0485E 48-Port, RJ-45, 2RMS

• Rear 110-type IDC termination
• Exceeds ANSI/TIA-568 CAT 5e standard
• 19” EIA mounting width

A. IC110WK966 CAT 6, Wiring Block Kit 
B. IC110PRK61 CAT 6, Patch Panel

• 96-Pair, includes connecting blocks
• 19” EIA mounting width

IC110WF100 100-Pair, With Feet
IC110WF300 300-Pair, With Feet

• Use with 110 CAT 5e connecting blocks

A. IC110NF100 100-Pair, Without Feet
 IC110NF300 300-Pair, Without Feet

B. IC110WH100 100-Pair, Hinged

• Use with 110 CAT 5e connecting blocks

 IC110RM100 100-Pair, 1 RMS
A. IC110RM200 200-Pair, 2 RMS

• Use with CAT 5e 110 connecting blocks
• 19” EIA mounting width

B. IC110RMCMB 110 Cable Panel

• Organizes and manages cables

IC110W1004 100-Pair, With Feet
IC110W3004 300-Pair, With Feet
IC110H1004 100-Pair, Hinged

• Includes 110 connecting blocks

ICMPP24T2C 24-Port, 8P2C, 1RMS
ICMPP48T2C 48-Port, 8P2C, 2RMS
ICMPP24T4C 24-Port, 8P4C, 1RMS
ICMPP48T4C 48-Port, 8P4C, 2RMS

• Category 3, Male Telco connectors
• 19” EIA mounting width

ICMPP024T2 24-Port, 6P2C, 1RMS
ICMPP048T2 48-Port, 6P2C, 2RMS
ICMPP024T4 24-Port, 6P4C, 1RMS
ICMPP048T4 48-Port, 6P4C, 2RMS

• Category 3, Male Telco connectors
• 19” EIA mounting width

A. ICMPP12V60 CAT 6, 12-Port, RJ-45
B. ICMPP12V5E CAT 5e, 12-Port, RJ-45
C. ICMPP012U6 12-Port, RJ-11

• 3.32”W x 10”H
• Rear 110-type IDC termination
• Exceeds ANSI/TIA-568 standards
• Designed to be wall mounted 

IC107PPU6A 24-Port, 1RMS

• Comes unloaded
• Confi gure with CAT 6A UTP connectors
• 19” EIA mounting width
• Includes rear cable management bar

IC107PPS6A 24-Port, 1RMS

• Comes unloaded
• Confi gure with CAT 6A FTP connectors
• Shields Electro-Magnetic Interference
• 19” EIA mounting width
• Includes rear cable management bar

Multimedia Blank Patch Panels Multimedia Blank Patch Panels

Voice Grade USOC Patch Panels

CAT 6 Patch Panels CAT 5e Patch Panels

CAT 6 110 Wiring Kits

110 Wiring Blocks 110 Wiring Blocks 110 Patch Panels

CAT 5e 110 Wiring Kits

Voice Grade Telco Patch Panels Voice Grade Telco Patch Panels 

Vertical Patch PanelsCAT 6A Confi gurable UTP Patch Panel

CAT 6A Confi gurable FTP Patch Panel

A. ICACSPDT04 50 Kgs Tool Handle

• Anti-slip rubber grip prevents hand 
slippage

B. ICACS04PH5 4-Pair Tool Head

• For 110 wiring blocks and patch panels

A. ICACSPDT05 80 Kgs.  Blade Tool
B. ICACS05PRH 5-Pair Replacement
 Tool Head
C. ICACS4PRH6 4-Pair Tool Head, CAT 6

• For 110 wiring blocks and patch panels

50 Kgs Punch-Down Tool 80 Kgs Punch-Down Tool

A.  B.

A.      B.              C. A.       B.

A.              B.A.                    B.
D.      E.              F. C.       D.

A.  B.  C.                     D.       A.  B.  C.                     D.                    E.       

A.    B.       A.    B.       

C.    D.       C.    D.       

G.                                              H.                                           I.                                               J.                                          K.       

E.    F.       

A.     

A.     

B.     

C.     

D.     

E.     

E.  F.                                                               G.                                                H.     

Shielded Plug       8P8C Plug       6P6C Plug       4P4C Plug       Natural       Black       A.   B.        
B.     

¹xx denotes color = BL, GY, WH
Standard Packaging: 1000 feet per box (305 meters)

¹xx denotes color = BL, GY, WH, YL
²xx denotes color = BL, GY, WH

Standard Packaging: 1000 feet per box (305 meters)Standard Packaging: 1000 feet per reel (305 meters)

¹xx denotes color = BK, BL, GN, GY, IV, OR, RD, WH,YL
²xx denotes color = BK, BL

Standard Packaging: 1000 feet per reel (305 meters)

zz denotes length = 01, 02, 03, 05, 07, and 10 meters 
(1 meter = 3.28 Ft.)

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75”1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75”

¹zz denotes length = 05, 10, 15, 25, 75, 00 Ft.(00=100) 

color = Gray Only
¹zz denotes length = 03, 07,10 Ft. 

¹xx denotes color = BK, NL  

1 RMS (Rack Mount Space) = 1.75”

color = Blue Only
¹zz denotes length = 03, 07, 10, 14 Ft. 

¹xx denotes color = BK, BL, GN, GY, OR, RD, WH, YL
¹zz denotes length = 01, 03, 05, 07, 10, 14, 25 Ft. 

¹xx denotes color = BK, BL, GN, GY, OR, RD, WH, YL
¹zz denotes length = 01, 03, 05, 07, 10, 14, 25 Ft. 

1 Rack Mount Space (RMS) = 1.75”
MM = Multimode, SM = Single-mode

Metal sleeves for MM, Ceramic sleeves for SM/MM

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”1 RMS (Rack Mount Space) = 1.75”1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75” 1 RMS (Rack Mount Space) = 1.75”1 RMS (Rack Mount Space) = 1.75”

1 RMS (Rack Mount Space) = 1.75”

A.  B.

A.                         B.                               C. 
A.  B. B. 

A. 

A.      B.                                     C. 

A.                    B.   A.                      B.                        C.    

TM

TM

6-Port      

8-Port      

12-Port      

12-Port      12-Port      

Blank     


