Q
:
S
3
3
S
R
2
N
]
<

ALB-LINE RETAIL PACKS

® Provides the ability to purchase our most popular items

in 1,000 piece convenient cartons in ACT labeled, custom

labeled, or plain bag

e Allows product to be easily received with no mixed items,
carton identification, and individualized bar codes

e Ships easily to your customer in the cut case carton
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Standard 18 Ib., 40 Ib., 50 Ib., & 120 Ib. Natural & UV Black

Bag

Part Number

Color &
Material

Length
Inch/mm

Width
Inch/mm

Thickness
Inch/mm

Tie
Tensile

Diameter
Inch/mm

UL-CSA
Mil-Spec

Per
Case

ALB-04-18-9- L-CSA
100 04-189.C INaturalNylon | , 15/104.77 | 0os/2.413| 0421086 18|  g7am02 | Y5CSA |4 000
100 | ALB-04-18-0-C | UV Black Nylon 80 n. MS3367-4
100 | ALB-06-18-9-C | Natural Nylon 18 1b.
6.18/157.14 | .095/2.413| .042/1.066 1.50/38.1 L-csA |1,000
100 | ALB-06-18-0-C_| UV Black Nylon 80 n. uL-Ccs
100 | ALB-08-18-9-C |Natural Nyl
alura’ Tyon 1 s.18/207.94 | .095/2.413| .0a2/1.066| 18| 2187555 | uL-csa |1,000
100 | ALB-08-18-0-C | UV Black Nylon 80 n.
100 | ALB-05-40-9-C |Natural Nylon 40 Ib. UL-CSA
5.84/148.33 | .140/3.556 | .049/1.244 1.437/36.4 1,000
100 | ALB-05-40-0-C_| UV Black Nylon 178 n. MS3367-5*
100 | ALB-08-40-9-C [Natural Nyl
atural VIon 1 g g75/225.42 | 140/3.556 | .049/1.244| 49| 2375603 | uL-csa |1.000
100 | ALB-08-40-0-C | UV Black Nylon 178 n.
100 | ALB-11-40-9-C |Natural Nyl
90 0-9°C INaturalNylon 1., g6/078.58 | 140/3.556 | .054/1.371| 42| 3375857 | uL-csa [1.000
100 | ALB-11-40-0-C | UV Black Nylon 178 n.
100 | ALB-14-40-9-C |Natural Nyl .
atural NVIon_1 14 25/361.95 | .140/3.556 | .054/1.371] *°™ | 41.00/101.6 | uL-csa |1.000
100 | ALB-14-40-0-C | UV Black Nylon 178 n.
ALB-07-50-9-C |Natural Nyl _
100 07:50:9°C |NaturalNylon 1 _ /19007 | 180/4.572| 052/1.320 | 39| 18751476 | Y=CSA |4 000
100 | ALB-07-50-0-C | UV Black Nylon 222 n. MS3367-1*
100 | ALB-11-50-9-C | Natural Nyl UL-CSA
50-9:C [NaturalNylon 1., 5508575 | 180/4.572 | .052/1.320| 590 | 3.062/77.7 11,000
100 | ALB-11-50-0-C_| UV Black Nylon 222 n. MS3367-7
100 | ALB-14-50-9-C [Natural Nyl UL-CSA
50-9°C |NaturalNvlon 1., 55/361.95| .180/4.572 .052/1.320| 59| 4.00/101.6 1,000
100 | ALB-14-50-0-C_| UV Black Nylon 222 n. MS3367-2*
100 | ALB-17-50-9-C [Natural Nyl
atura’ Tyon 1 47.00/434.16 | .188/4.775 | .060/1.524| 590 | 452/115.0 uL 1,000
100 | ALB-17-50-0-C | UV Black Nylon 222 n.
100 | ALB-08-120-9-C | Natural Nyl
90 08-120.9°C |Natural Nylon_1 ¢ 2,000,098 | .300/7.620 | .076/1.930 | 29| 206523 | uL-csa | s00
100 | ALB-08-120-0-C | UV Black Nylon 534 n.
50 | ALB-14-120-9-L | Natural Nylon 120 Ib. UL-CSA
15.09/383.36 | .300/7.620 | .076/1.930 4.06/103.1 500
50 | ALB-14-120-0-L |UV Black Nylon 534 n. MS3367-3*

Tolerance: .xxx = +-.005,

2
=
S
1S0 9001: zoos

QMI-SAl Global
#008555

Xx = +-.015, Fraction = +-1/32"

Type 218
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ROHS compliant

Type 21

Us Posmomng
Device

ALB-17-50 Made in TW

ROHS <s P :
Compliant

Sold in case quantities

SAE AS23190
Mil-Spec Approved

AS33671




Additional Product Lines

Color Ties Double Head Stainless Steel Tote Box

Cold Weather Releasable Ties Air Handling Identification Mounting Hole

Beaded Push Mount Metal Detectable

Impact ReS|stant Mounting Pads BridgeSleeves Screw Mounts Anchor Mounts

LP Mounts PushMounts Button Mounts  Wall Mounts ACTPACs

Cable Tie Tension Tools Wire Strippers

Split Loom CableWrap Connectors

ADVANCED CABLE TIES INC.

Advanced Cable Ties, Inc.
245 Suffolk Lane, Gardner, MA 01440
800-861-7228 - sales@actfs.com - www.advancedcableties.com

AP-LIT-ALB



