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Wet Location Adjustable LED Emergency Light 

Injection-molded, high impact, UV-stabilized, UL 
94 V-0 Thermoplastic 

Snap-together construction speeds installation 
Universal Mounting Plate with quick-connect feature 
Universal J-box pattern 
Fully Adjustable Glare-Free LED Lighting Heads 
Dual-Voltage input 120V or 277V AC Operation 
Emergency unit provided with test switch & status 

indicator  
Maintenance-free, 3.6V 900mAH Ni-cad  
    Rechargeable Battery provides 90 minutes of  
    emergency power  
120V 3.32W 186mA, 277V 3.3W .012A 
UL924 Wet Location Rated  
5 Year Warranty 

Cat. No. Housing Case Qty 

73398 White 12 

Decorative & Economical Units with Modern 
Appearance & Low Maintenance   

Completely Self-Contained 
Fully Automatic Operation 
Compact, Low Profile Design in Neutral Finish 
Push to Test Switch 
6V 4.5AH Pure Lead, Maintenance Free Battery 
2 x 5.4 Watt Incandescent Lamps 

Automatic, Low Voltage Disconnect (LVD) 
Universal Transformer for 120 or 277 VAC 

Replacement bulb: GE 939 or equal 
Universal Mounting Plate  
Injection Molded, V-O Flame Retardant,  
    High Impact, Thermoplastic Housing 
Charge Rate/Power “ON” LED Indicator Light 
90 Minute Emergency Operation 
UL listed for Damp Location     
5 Year Warranty 

Cat. No. Style Housing A B C Case Qty 

73110 Prism White 11-7/8” 5” 2-1/4” 6 

73111 Prism Black 11-7/8” 5” 2-1/4” 6 

Prism Style Incandescent Emergency Lights 


