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ROUND TRI-DRIVE® 
MACHINE SCREWS

Tri-Drive registered under Reg. 2,305,036

STEEL ZINC CHROMATE

Tri-Drive® is 
manufactured by 

Avanti Screw, Inc., 
A Metallics     

Affi liate

Introduced nationally by Metallics in 1994

AN INDUSTRY FIRST!
A free square drive bit with each jar of

Tri-Drive® Machine Screws

Slotted

Phillips

Square Drive

QUALITY GUARANTEED

Any product purchased from this catalogue may be returned within 30 days of purchase if our 
distributor or contractor is not fully satisfi ed with the quality.  

Distributor–please include Metallics or Metallics West invoice with item. If deemed faulty or 
of poor quality, we will replace the individual item or issue full credit . Our goal is to please 
you. Call to enquire about our  RMA Policy.

AMERICA’S SOURCE FOR PREMIER & INNOVATIVE FASTENERS

METALLICS STANDS TALL BEHIND AUTHORIZED DISTRIBUTORS AND THEIR

PROFESSIONAL USERS:

THREE DRIVES IN 
ONE HEAD

STOCK    JAR   WT. PER  STD. PKG./    
  NO.    UPC NO. DIAMETER  LENGTH  PKG.  MSTR. SLEEVE 
 JTRM80  80003 6-32 1/2 .23 100/500                         3.73/c 
 JTRM81  80004 6-32 3/4 .31 100/500                         3.73/c 
 JTRM63  80005 6-32 1 .38 100/500                         4.06/c 
 JTRM82  80006 6-32 11/2 .53 100/500                         4.71/c 
 JTRM83  80007 6-32 2 .68 100/500                         5.83/c
 JTRM84  80008 8-32 1/2 .37 100/500                         5.53/c
 JTRM85  80009 8-32 3/4 .48 100/500                         5.56/c
 JTRM86  80010 8-32 1 .60 100/500                         5.59/c
 JTRM87  80011 8-32 11/4 .70 100/500                         5.61/c
 JTRM88  80012 8-32 11/2 .81 100/500                         7.14/c
 JTRM89  80013 8-32 2 1.03 100/500                         7.33/c
JTRM16  81255 10-32 1/4 .49 100/500                         3.16/c
 JTRM33  80014 10-32 1/2 .51 100/500                         4.50/c
 JTRM98  80015 10-32 1 .80 100/500                         6.08/c
 JTRM22  80016 1/4-20 3/8 .90 100/500                         7.74/c
 JTRM99  80017 1/4-20 1/2 1.03 100/500                         7.77/c
 JTRM100  80018 1/4-20 3/4 1.29 100/500                         7.79/c
 JTRM101  80019 1/4-20 1 1.55 100/500                         9.24/c
 JTRM102  80020 1/4-20 11/4 2.04 100/500                       11.25/c
 JTRM103  80021 1/4-20 11/2 2.04 100/500                       11.31/c
 JTRM104  80022 1/4-20 2 2.56 100/500                       14.39/c
ALSO AVAILABLE–TRI-DRIVE® SHEET METAL SCREWS 

SCREWS

SUGGESTED
TRADE LIST PRICE PER 100

       ONLY 
 METALLICS!

A
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In 1985, Metallics was the first fastener company in America to offer a full line of Combo's!

 ROUND "COMBO" MACHINE   

OTHER SIZES AVAILABLE BY REQUEST.

TWO DRIVES IN ONE HEAD

STOCK                      JAR                                                                WT. PER            STD. PKG/                   SUGGESTED 
  NO.                    UPC NO.            DIAMETER LENGTH              PKG.          MSTR. SLEEVE      TRADE LIST PRICE PER 100  
 JRM17                  80023                 6-32                    3/8                 .20             100/500                        2.73/c 
 JRM80                  80024                 6-32                    1/2 .28 100/500                        3.00/c
 JRM81                  80025                6-32                    3/4 .36 100/500                        2.89/c
 JRM63                  80026                 6-32                     1 .43 100/500                        3.22/c
 JRM68                  80027                 6-32                   11/4 .51 100/500                        3.52/c
 JRM82                  80028                 6-32                   11/2 .58 100/500                        4.36/c
 JRM83                  80029                 6-32                     2 .74 100/500                        6.29/c
 JRM140                80030                6-32                   21/2 .84 100/500                        6.59/c
 JRM142                80031                 6-32                     3 .92 100/500                        7.66/c
 JRM18                  80032                8-32                   3/8 .32 100/500                        2.73/c
 JRM84                  80033                 8-32                    1/2 .41 100/500                        3.02/c
 JRM85                  80034                 8-32                    3/4 .52 100/500                        3.24/c
 JRM86                  80035                 8-32                     1 .62 100/500                        3.65/c
 JRM87                  80036                 8-32                   11/4 .73 100/500                        4.09/c
 JRM88                  80037                 8-32                   11/2 .86 100/500                        4.85/c
 JRM89                  80038                 8-32                     2 1.13 100/500                        6.76/c
 JRM90                  80039                 8-32                   21/2 1.33 100/500                        7.33/c
 JRM91                  80040                8-32                     3 1.58 100/500                        8.53/c
 JRM19                  80041                10-24  3/8 .44 100/500                        3.09/c
 JRM32                  80042                10-24                  1/2 .51 100/500                        3.11/c
 JRM92                  80043                10-24                  3/4 .70 100/500                        3.68/c
 JRM93                  80044                10-24   1 .84 100/500                        4.14/c
 JRM94                  80045                10-24 11/4 .93 100/500                        4.61/c
 JRM95                  80046                10-24 11/2 1.07 100/500                        5.37/c
 JRM96                  80047                10-24                   2 1.37 100/500                        6.76/c
 JRM97                  80048                10-24  21/2 1.64 100/500                        8.15/c
 JRM127                80049                10-24 3 2.00 100/500                        9.51/c
 JRM20                  80050                10-32 3/8 .44 100/500                        3.08/c
 JRM33                  80051               10-32 1/2 .56 100/500                        3.11/c
 JRM48                  80052                10-32 3/4 .71 100/500                        3.68/c
 JRM98                  80053                10-32 1 .86 100/500                        4.14/c
 JRM69                  80054                10-32 11/4 .93 100/500                        4.61/c
 JRM75                  80055                10-32 11/2 1.07 100/500                        5.39/c
 JRM113                80056                10-32 2 1.37 100/500                        6.36/c
 JRM22                  80057                           1/4-20 3/8 .91 100/500                        5.37/c
 JRM99                  80058                           1/4-20 1/2 1.01 100/500                        5.67/c
 JRM100                80060                 1/4-20 3/4 1.31 100/500                        6.29/c
 JRM101                80061                           1/4-20 1 1.56 100/500                        7.19/c
 JRM102                80062               1/4-20 11/4 1.89 100/500                        7.33/c
 JRM103                80063                       1/4-20 11/2 2.06 100/500                        7.44/c
 JRM104                80064                      1/4-20 2 2.65 100/500                      10.06/c
 JRM105                81105                           1/4-20 21/2 3.04 100                         12.73/c
 JRM128                81110                  1/4-20 3 3.67 100                         13.33/c
 JRM132                81115                       1/4-20 4 4.59 100                         17.22/c
 JRM36                  80065                           3/8-16 1/2 2.95 100/500                      15.72/c
 JRM51                  80066                           3/8-16 3/4 3.56 100/500                      17.96/c
 JRM66                  80067                       3/8-16 1 4.04 100                         18.04/c
 JRM72                  80068                           3/8-16 11/4 4.72 100                         19.02/c
 JRM78                  80069                       3/8-16 11/2 5.34 100                         22.07/c
 JRM116                80070               3/8-16 2 6.57 100                         23.71/c
 JRM123                80071                     3/8-16 21/2 7.77 100                         29.65/c
 JRM130                80072                      3/8-16  3 8.96 50                          33.84/c
 JRM135                81120                      3/8-16  4 11.40 50                          45.50/c

SCREWS

SCREWS
SLOTTED AND PHILLIPS. STEEL ZINC CHROMATE

A

SCREWS
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SCREWS

A
STAINLESS STEEL ROUND HEAD

SLOTTED MACHINE SCREWS
 18-8 SERIES TYPE

BRASS ROUND HEAD SLOTTED
MACHINE SCREWS

STOCK   JAR   WT. PER STD. PKG/                     SUGGESTED 
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE         TRADE LIST PRICE PER 100 

 JRMB61 80104 6-32 1/2 .25 100/500           8.47/c             
 JRMB62 80105 6-32 3/4 .30 100/500    10.38/c
 JRMB63 80106 6-32 1 .41 100/500    16.70/c
 JRMB83 80107 8-32 1/2 .40 100/500    10.93/c
 JRMB85 80108 8-32 3/4 .52 100/500    13.98/c
 JRMB86 80109 8-32 1 .65 100/500          17.49/c
 JRMB91 80110 8-32 2 1.11 100/500    30.49/c
 JRMB95 80111 10-32 1/2 .55 100/500    20.08/c
 JRMB48 80112 10-32 3/4 .71 100/500    19.02/c
 JRMB98 80113 10-32 1 .86 100/500    23.38/c

OTHER SIZES AVAILABLE BY REQUEST & PHILLIPS DRIVE

OTHER SIZES AVAILABLE BY REQUEST & PHILLIPS DRIVE

STOCK                  JAR   WT. PER                                 STD. PKG/                          SUGGESTED  
  NO.                    UPC NO.              DIAMETER LENGTH     PKG. MSTR. SLEEVE            TRADE LIST PRICE PER 100  

 JSRM50                80073                   6-32 3/8 .20 100/500                     
 JSRM10                80074                  6-32 1/2 .23 100/500 
 JSRM51                80075                  6-32 3/4 .28 100/500 
 JSRM11                80076                   6-32 1 .38 100/500 
 JSRM12                80077                   6-32 11/4 .46 100/500 
 JSRM13                80078                  6-32 11/2 .53 100/500 
 JSRM14                80079                   6-32 2 .68 100/500 
 JSRM60                80080                   8-32 3/8 .32 100/500 
 JSRM15                80081                   8-32 1/2 .37 100/500 
 JSRM61                80082                   8-32 5/8 .43 100/500 
 JSRM16                80083                   8-32 3/4 .48 100/500 
 JSRM17                80084                   8-32 1 .60 100/500 
 JSRM18                80085                   8-32 11/4 .70 100/500 
 JSRM19                80086                   8-32 11/2 .81 100/500 
 JSRM20                80087                   8-32 2 1.03 100/500 
 JSRM21                80088                 10-24 1/2 .51 100/500 
 JSRM71                80089                 10-24 5/8 .59 100/500 
 JSRM22                80090                 10-24 3/4 .66 100/500 
 JSRM23                80091                 10-24 1 .80 100/500 
 JSRM24                80092                 10-24 11/4 .93 100/500 
 JSRM74                80093                 10-24 13/4 1.22 100/500 
 JSRM25                80094                 10-32 1/2 .51 100/500 
 JSRM26                80095                10-32 3/4 .66 100/500 
 JSRM27                80096                 10-32 1 .80 100/500 
 JSRM28                80097                 10-32 11/4 .93 100/500 
 JSRM29                80098                     1/4-20 3/8 .90 100/500 
 JSRM30                80099                             1/4-20 1/2 1.03 100/500 
 JSRM31                80100                             1/4-20 3/4 1.29 100/500 
 JSRM32                80101                    1/4-20 1 1.55 100/500 
 JSRM85                80102                        1/4-20 11/4 1.79 100/500 
 JSRM90                80103                            1/4-20 11/2 2.04 100/500 
 SRM136               12020                             1/4-20 6 9.30 100/500                  Box Only 

  6.62/c
  8.09/c
11.42/c
12.15/c
12.89/c
13.24/c
14.72/c
  8.77/c
  9.21/c
10.30/c
10.68/c
11.04/c
16.87/c
18.04/c
26.65/c
11.04/c
11.20/c
12.51/c
14.72/c
20.98/c
27.44/c
11.04/c
13.63/c
16.19/c
20.90/c
23.54/c
27.60/c
30.17/c
30.17/c
30.36/c
41.94/c
        316.37/c
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FLAT HEAD SLOTTED 
MACHINE SCREWS

STEEL ZINC CHROMATE

FLAT HEAD PHILLIPS MACHINE SCREWS AVAILABLE BY REQUEST
OTHER SIZES AVAILABLE BY REQUEST

STOCK UPC   WT. PER STD. PKG/                      SUGGESTED  
  NO. NO. DIAMETER LENGTH PKG MSTR. SLEEVE         TRADE LIST PRICE PER 100 

 RSB16 10340 10-32 1/2 .86 100/500                        
 RSB17 10341 10-32 3/4 1.05 100/500 
 RSB18 10342 10-32 1 1.19 100/500 
 RSB19 10343 10-32 11/4 1.28 100/500 
 RSB20 10344 10-32 11/2 1.42 100/500 
 RSB21 10345 10-32 2 1.72 100 

STOVE BOLTS
Standard Package Square Plastic Jar

Round Head “Combo” (Slotted and Phillips)
STEEL ZINC CHROMATE WITH HEX NUTSTWO DRIVES IN 

ONE HEAD

ALL STOVE BOLTS ARE PACKAGED IN PLASTIC JARS.

STOCK JAR   WT. PER STD. PKG/ SUGGESTED  
  NO. UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE TRADE LIST PRICE PER 100 
 JFM80 80114 6-32 1/2  .23 100/500   2.48/c 
 JFM81 80115 6-32 3/4 .30 100/500   2.70/c
 JFM63 80116 6-32 1 .40 100/500   2.73/c
 JFM68 80117 6-32 11/4 .47 100/500   3.08/c
 JFM82 80118 6-32 11/2 .53 100/500   4.17/c
 JFM83 80119 6-32 2 .72 100/500   4.99/c
 JFM140 80120 6-32 21/2 .90 100/500   7.60/c
 JFM142 80121 6-32 3 1.05 100/500   8.77/c
 JFM84 80122 8-32 1/2 .37 100/500   2.75/c
 JFM85 80123 8-32 3/4 .48 100/500   3.11/c
 JFM86 80124 8-32 1 .58 100/500   3.27/c
 JFM87 80125 8-32 11/4 .70 100/500   4.44/c
 JFM88 80126 8-32 11/2 .81 100/500   4.99/c
 JFM89 80127 8-32 2 1.03 100/500   5.83/c
 JFM90 80128 8-32 21/2 1.25 100/500   9.24/c
 JFM91 80129 8-32 3 1.47 100/500             12.26/c
 JFM33 80130 10-32 1/2 .51 100/500               3.49/c
 JFM48 80131 10-32 3/4 .73 100/500               3.68/c
 JFM98 80132 10-32 1 .80 100/500               3.84/c
 JFM69 80133 10-32 11/4 .93 100/500               5.07/c
 JFM92 81175 10-32 11/2 1.06 100/500               5.37/c
 JFM93 81176 10-32 2 1.35 100/500               6.76/c
 JFM94 81177 10-32 3 1.80 100/500   9.51/c
 JFM99 80134 1/4-20 1/2 1.03 100/500   5.83/c
 JFM100 80135 1/4-20 3/4 1.29 100/500   6.19/c
 JFM101 80136 1/4-20 1 1.55 100/500   7.11/c
 JFM104 80137 1/4-20 2 2.56 100/500   9.89/c
 JFM105 81185 1/4-20 3 3.50 100/500             13.33/c
BRASS
 JFMB88 81155 8-32 1-1/2 0.90 100             21.91/c

SCREWS

4.50/c
4.96/c
5.34/c
5.70/c
6.26/c
7.36/c

A

SCREWS
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SCREWS

A

STOCK    JAR   WT. PER  STD. PKG.       SUGGESTED  
  NO.    UPC NO. DIAMETER  LENGTH  PKG.  MSTR. SLEEVE       TRADE LIST PRICE PER 100 

  JTTS12 80138 6 1/2 .20 100/500 
 JTTS14 80139 6 3/4 .26 100/500 
 JTTS15 80140 6 1 .33 100/500 
 JTTS38 80141 6 11/2 .47 100/500 
 JTTS18 80142 8 1/2 .29 100/500 
 JTTS20 80143 8 3/4 .48 100/500 
 JTTS21 80144 8 1 .65 100/500 
 JTTS22 80145 8 11/4 .67 100/500 
 JTTS23 80146 8 11/2 .67 100/500    
 JTTS24 80147 8 2 1.03 100/500 
 JTTS25 80148 10 1/2 .41 100/500 
 JTTS27 80149 10 3/4 .52 100/500 
 JTTS28 80150 10 1 .65 100/500 
 JTTS29 80151 10 11/4 .65 100/500 
 JTTS30 80152 10 11/2 .79 100/500 
 JTTS31 80153 10 2 1.12 100/500 
 JTTS33 80154 12 3/4 .70 100/500 
J TTS34 80155 12 1 .89 100/500 
 JTTS35 80156 12 11/4 1.08 100/500 
 JTTS36 80157 12 11/2 1.22 100/500 
 JTTS37 80158 12 2 1.51 100/500 

PAN HEAD TRI-DRIVE® 
SHEET METAL SCREWS

STEEL ZINC CHROMATE

Introduced nationally in 1994 by the Metallics Group
TRI-DRIVE® IS REGISTERED UNDER REG. 2,305,036

AN INDUSTRY FIRST!
A free square drive bit with each box/jar of

Tri-Drive® Sheet Metal Screws

THREE DRIVES IN 
ONE HEAD

STOCK UPC   WT. PER STD. PKG/                 SUGGESTED  
  NO. NO. DIAMETER LENGTH PKG MSTR. SLEEVE         TRADE LIST PRICE PER 100 
 RSB22 10159 1/4-20 3/8 1.64 100/500                        
 RSB99 10160 1/4-20 1/2 1.77 100/500 
 RSB100 10161 1/4-20 3/4 2.03 100/500 
 RSB101 10162 1/4-20 1 2.29 100/500 
 RSB102 10163 1/4-20 11/4 2.53 100/500 
 RSB103 10164 1/4-20 11/2 2.78 100/500 
 RSB104 10165 1/4-20 2 3.30 100 
 RSB105 13037 1/4-20 21/2 3.80 100 
 RSB106 13045 1/4-20 3 4.30 100 

STOVE BOLTS
Standard Package Square Plastic Jar

Round Head “Combo” (Slotted and Phillips)
STEEL ZINC CHROMATE WITH HEX NUTSTWO DRIVES IN 

ONE HEAD

Tri-Drive® is 
manufactured by 

Avanti Screw, Inc., 
A Metallics Affi liate

ALL STOVE BOLTS ARE PACKAGED IN PLASTIC JARS OTHER SIZES AVAILABLE BY REQUEST 

        ONLY  
METALLICS!

  5.45/c
  5.72/c
  6.57/c
  7.06/c
  7.90/c
  8.88/c
10.63/c
12.48/c
16.08/c

  4.36/c
  4.47/c
  4.47/c
  5.89/c
  4.58/c
  5.04/c
  5.45/c
  6.10/c
  6.40/c
10.93/c
  4.93/c
  5.20/c
  5.45/c
  5.67/c
  6.40/c
10.25/c
  6.57/c
  7.74/c
  9.05/c
10.14/c
13.68/c
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"COMBO" TAPPING 
SCREWS

Metallics was the first in America to offer the Combo Head — 1985

TWO DRIVES IN 
ONE HEAD

OTHER SIZES AVAILABLE BY REQUEST

STOCK JAR   WT. PER STD. PKG/     SUGGESTED 
  NO. UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE     TRADE LIST PRICE PER 100 

J TS10 80159 4 1/2 .13 100/500 
 JTS4 80160 4 3/4 .19 100/500 
 JTS11 80161 4 1 .24 100/500 
 JTS6 80162 6 1/4 .15 100/500 
 JTS7 80163 6 3/8 .18 100/500 
 JTS12 80164 6 1/2 .27 100/500 
 JTS13 80165 6 5/8 .23 100/500 
 JTS14 80166 6 3/4 .34 100/500 
 JTS15 80167 6 1 .41 100/500 
 JTS9 80168 6 11/4 .43 100/500 
 JTS38 80169 6 11/2 .58 100/500 
 JTS40 80170 7 1/2 .27 100/500 
 JTS17 80171 8 3/8 .24 100/500 
 JTS18 80172 8 1/2 .36 100/500 
 JTS19 80173 8 5/8 .34 100/500 
 JTS20 80174 8 3/4 .48 100/500 
 JTS21 80175 8 1 .56 100/500 
 JTS22 80176 8 11/4 .66 100/500  
 JTS23 80177 8 11/2 .76 100/500 
 JTS48 80178 8 13/4 .81 100/500 
 JTS24 80179 8 2 1.03 100/500 
 JTS49 80180 10 3/8 .40 100/500 
 JTS25 80181 10 1/2 .49 100/500 
 JTS26 80182 10 5/8 .47 100/500 
 JTS27 80183 10 3/4 .64 100/500 
 JTS28 80184 10 1 .75 100/500 
 JTS29 80185 10 11/4 .91 100/500 
 JTS30 80186 10 11/2 1.01 100/500 
 JTS51 80187 10 13/4 1.05 100/500 
 JTS31 80188 10 2 1.15 100/500 
 JTS80 80189 10 21/2 1.36 100/500 
 JTS81 80190 10 3 1.60 100 
 JTS32 80191 12 1/2 .52 100/500 
 JTS33 80192 12 3/4 .82 100/500 
 JTS34 80193 12 1 .98 100/500 
 JTS35 80194 12 11/4 1.13 100/500 
 JTS36 80195 12 11/2 1.37 100/500 
 JTS54 80196 12 13/4 1.51 100/500 
 JTS37 80197 12 2 1.70 100/500 
 JTS82 80198 12 21/2 1.96 100 
 JTS83 80199 12 3 2.35 100 
 JTS55 80200 14 1/2 .88 100/500 
 JTS57 80201 14 3/4 1.11 100/500 
 JTS59 80202 14 1 1.47 100/500 
 JTS60 80203 14 11/4 1.67 100/500 
 JTS61 80204 14 11/2 1.75 100/500 
 JTS63 80205 14 2 2.22 100/500 

Pan Head (Slotted and Phillips)
STEEL ZINC CHROMATE

SCREWS

  2.94/c
  3.43/c
  3.62/c
  2.51/c
  2.53/c
  2.92/c
  3.00/c
  3.16/c
  2.92/c
  3.24/c
  4.09/c
  3.62/c
  2.64/c
  3.02/c
  3.22/c
  3.52/c
  3.90/c
  4.22/c
  4.61/c
  7.03/c
  7.09/c
  3.00/c
  3.24/c
  3.62/c
  4.31/c
  5.07/c
  5.20/c
  6.89/c
  7.00/c
  9.97/c
12.02/c
13.03/c
  4.92/c
  5.20/c
  5.89/c
  6.81/c
  7.93/c
10.11/c
11.31/c
16.98/c
21.31/c
  7.68/c
  8.50/c
  9.21/c
11.96/c
13.63/c
14.14/c

A

SCREWS
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SCREWS

A
PAN HEAD SLOTTED 

TAPPING SCREWS
18-8 TYPE STAINLESS STEEL

FLAT HEAD PHILLIPS 
TAPPING SCREWS

STEEL ZINC CHROMATE

STOCK   JAR   WT. PER STD. PKG/                SUGGESTED  
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE        TRADE LIST PRICE PER 100 

 JSTS10  80206 6 1/2 .20 100/500 
 JSTS11  80207 6 3/4 .26 100/500 
 JSTS12  80208 6 1 .33 100/500 
 JSTS13  80209 8 1/2 .38 100/500 
 JSTS14  80210 8 3/4 .38 100/500 
 JSTS15  80211 8 1 .48 100/500 
 JSTS16  80212 8 11/4 .58 100/500 
 JSTS17  80213 8 11/2 .68 100/500 
 JSTS18  80214 8 2 .86 100/500 
 JSTS19  80215 10 1/2 .41 100/500 
 JSTS20  80216 10 5/8 .47 100/500 
 JSTS21  80217 10 3/4 .52 100/500 
 JSTS22  80218 10 1 .65 100/500 
 JSTS23  80219 10 11/4 .79 100/500 
 JSTS24  80220 10 11/2 .89 100/500 
 JSTS25  80221 10 2 1.12 100/500 
 JSTS26  80222 12 1/2 .52 100/500 
 JSTS27  80223 12 3/4 .70 100/500 
 JSTS28  80224 12 1 .89 100/500 
NOTE: Phillips available upon request.  Add "PH" after Stock Number.  Other sizes available by request

OTHER SIZES AVAILABLE BY REQUEST

STOCK   JAR   WT. PER STD PKG/                    SUGGESTED 
NO.    UPC NO. DIAMETER  LENGTH PKG. MSTR. SLEEVE       TRADE LIST PRICE PER 100 
 JTSF12  80225 6 1/2 .17 100/500 
 JTSF14  80226 6 3/4 .24 100/500 
 JTSF15  80227 6 1 .31 100/500 
 JTSF9  80228 6 11/4 .39 100/500 
 JTSF20  80229 8 3/4 .35 100/500 
 JTSF21  80230 8 1 .45 100/500 
 JTSF22  80231 8 11/4 .56 100/500 
 JTSF23  80232 8 11/2 .70 100/500 
 JTSF27  80233 10 3/4 .47 100/500 
 JTSF28  80234 10 1 .61 100/500 
 JTSF29  80235 10 11/4 .76 100/500 
 JTSF30  80236 10 11/2 .92 100/500 

  6.79/c
  8.47/c
  9.56/c
  9.21/c
14.50/c
20.55/c
13.98/c
15.45/c
25.02/c
13.63/c
15.40/c
17.17/c
17.88/c
22.81/c
22.94/c 
27.96/c
16.02/c
23.33/c
22.81/c

2.92/c
3.16/c
3.19/c
3.24/c
3.52/c
3.87/c
4.22/c
4.61/c
4.31/c
5.07/c
5.53/c
6.89/c
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PAN HEAD TAPPING 

ROUND WASHER HEAD
TAPPING SCREWS

SQUARE-PHILLIPS RECESS. STEEL ZINC CHROMATE

A strong, positive drive fastener that locks onto the square drive bit. 
Ideal for Distributors and Users in the Canadian Market.

TWO DRIVES IN 
ONE HEAD

OTHER SIZES AVAILABLE BY REQUEST

OTHER SIZES AVAILABLE BY REQUEST

STOCK   JAR   WT. PER STD. PKG/                  SUGGESTED 
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE           TRADE LIST PRICE PER 100 

 JTSS1  80237 6 1/2 .22 100/500 
 JTSS2  80238 6 3/4 .29 100/500 
 JTSS3  80239 6 1 .36 100/500 
 JTSS4  80240 6 11/4 .43 100500 
 JTSS5  80241 6 11/2 .50 100/500 
 JTSS6  80242 6 2 .60 100/500 
 JTSS7  80243 8 1/2 .33 100/500 
 JTSS8  80244 8 3/4 .42 100/500 
 JTSS9  80245 8 1 .52 100/500 
 JTSS10  80246 8 11/4 .62 100/500 
 JTSS11  80247 8 11/2 .72 100/500 
 JTSS12  80248 8 2 .96 100/500 
  JTSS25  80249 10 1/2 .45 100/500 
 JTSS27  80250 10 3/4 .58 100/500 
 JTSS28  80251 10 1 .75 100/500 
 JTSS29  80252 10 11/4 .89 100/500 
 JTSS30  80253 10 11/2 .90 100/500 
 JTSS31  80254 10 2 1.18 100/500 
 JTSS32  80255 10 21/2 1.25 100/500 
 JTSS81  80256 10 3 1.60 100 
 JTSS33  80257 12 3/4 .77 100/500 
 JTSS34  80258 12 1 .94 100/500 
 JTSS35  80259 12 11/4 1.14 100/500 
 JTSS36  80260 12 11/2 1.32 100/500 
 JTSS37  80261 12 2 1.70 100/500 
 JTSS83  80262 12 3 2.35 100 

STOCK  JAR   WT. PER STD. PKG/  SUGGESTED 
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE  TRADE LIST PRICE PER 100 

 JRWS7  80263 8 1/2 .35 100/500 
 JRWS8  80264 8 3/4 .44 100/500 
 JRWS9  80265 8 1 .52 100/500 
 JRWS10  80266 8 11/4 .62 100/500 
 JRWS11  80267 8 11/2 .72 100/500 
 JRWS12  80268 8 2 .8 100/500 
 JRWS26  80269 10 1/2 .55 100/500 
 JRWS27  80270 10 3/4 .65 100/500 
 JRWS28  80271 10 1 .74 100/500 
 JRWS29  80272 10 11/4 .94 100/500 
 JRWS30  80273 10 11/2 1.05 100/500 
 JRWS31  80274 10 2 1.13 100/500 

SCREWS
SQUARE DRIVE RECESS. STEEL ZINC CHROMATE

SCREWS

Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate

  3.73/c
  3.82/c
  4.91/c
  5.89/c
  6.76/c
12.21/c
  3.98/c
  4.14/c
  5.10/c
  6.92/c
  7.82/c
  9.13/c
  5.07/c
  5.61/c
  6.29/c
  7.79/c
  8.42/c
10.49/c
14.72/c
19.65/c
  8.83/c
  9.73/c
10.52/c
12.24/c
15.01/c
19.65/c
           

  5.04/c
  5.04/c
  5.45/c
  6.10/c
  6.40/c
10.93/c
  5.42/c
  5.59/c
  6.32/c
11.61/c
11.96/c
15.97/c

A

SCREWS

Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate
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SCREWS

A
SHEET METAL SCREWS

Indented Hex Washer Slotted Head
STEEL ZINC CHROMATE, SELF-PIERCING

The ideal fastener for light gauge sheet metal*

*Used in light metal assembly such as electrical outlets, framing and various other sheet metal applications.

Sheet Metal Screws above can be ordered in 1000 piece quantities per size in the Hard Body Pac Square Plastic 
Jar or carton, depending on volume. Use stock numbers above and add "M" at end of Part #.

OTHER SIZES AVAILABLE BY REQUEST

STOCK   JAR   WT. PER STD. PKG/             SUGGESTED 
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE         TRADE LIST PRICE PER 100 

1/4” HEAD—USE MT208B CHUCK, SEE PAGE
 JDS150  80275 6 3/8 .19 100/500 
 JDS161  80276 6 1/2 .22 100/500 
 JDS160  80277 6 3/4 .29 100/500 
 JDS163  80278 6 1 .36 100/500 
 JDS164  80279 6 11/4 .43 100/500 
 JDS165  80280 6 11/2 .50 100/500 
 JDS151  80281 7 1/2 .30 100/500 
 JDS166  80282 7 3/4 .40 100/500 
 JDS152  80283 8 1/2 .40 100/500 
 JDS153  80284 8 3/4 .49 100/500 
 JDS154  80285 8 1 .55 100/500 
 JDS162  80286 8 11/4 .69 100/500 
 JDS157  80287 8 11/2 .79 100/500 
 JDS159  80288 8 2 .96 100/500 
 JDS155  80289 10 1/2 .48 100/500 
 JDS156  80290 10 3/4 .55 100/500 
 JDS158  80291 10 1 .67 100/500 
 JDS167  80292 10 11/4 .83 100/500 
 JDS168  80293 10 11/2 .92 100/500 
 JDS169  80294 10 2 1.22 100/500 

5/16” HEAD—USE MT210B CHUCK, SEE PAGE
 JDS180  80295 10 1/2 .51 100/500 
 JDS181  80296 10 3/4 .65 100/500 
 JDS182  80297 10 1 .80 100/500 
 JDS183  80298 10 11/4 .89 100/500 
 JDS184  80299 10 11/2 1.01 100/500 
 JDS185  80300 10 2 1.32 100/500 
 JDS80  80301 10 21/2 1.47 100 
 JDS81  80302 10 3 1.68 100 
 JDS170  80303 12 3/4 .85 100/500 
 JDS171  80304 12 1 .98 100/500 
 JDS172  80305 12 11/4 1.14 100/500 
 JDS173  80306 12 11/2 1.37 100/500 
 JDS174  80307 12 2 1.62 100/500 

3/8” HEAD—USE MT212B CHUCK, SEE PAGE
 JDS175  80308 14 3/4 .76 100/500 
 JDS176  80309 14 1 1.09 100/500 
 JDS177  80310 14 11/4 1.37 100/500 
 JDS178  80311 14 11/2 1.65 100/500 
 JDS179  80312 14 2 2.13 100 
 JDS143  80313 14 3 3.17 100 

  3.32/c
  3.38/c
  3.52/c
  4.20/c
  5.04/c
  5.80/c
  3.73/c
  3.90/c
  3.90/c
  4.36/c
  4.69/c
  5.94/c
  6.67/c
  8.53/c
  4.25/c
  4.99/c
  5.72/c
  6.51/c
  8.53/c
11.34/c

  4.55/c
  4.99/c
  5.72/c
  6.89/c
  8.01/c
11.50/c
13.43/c
15.42/c
  7.74/c
  8.01/c
  8.97/c
10.36/c
11.91/c

11.83/c
12.48/c
14.17/c
14.44/c
20.60/c
23.63/c
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QUADRIVE SHEET METAL
SELF-PIERCING SCREWS

Indented Hex Washer, Slotted, Phillips, Square Recess Head
STEEL ZINC CHROMATE

FIRST IN THE WORLD
THE IDEAL FASTENER FOR LIGHT GAUGE SHEET METAL

Introduced in 1999

Metallics and Avanti Screw, Inc., prime American manufacturers 
of fastener products, have always worked to present the latest in 
fastener technology to our distributors and their contractors/users.

Hex Washer Head fasteners have historically only offered three 
drives--the hex, phillips and the slot.  In 1999, we introduced 
"The QuaDrive" (square, hex, slotted and Phillips) in fourteen of 
the most popular sizes of sheet metal screws.

These sheet metal screws are being manufactured to fi ll the need of 
the growing demand in the North American markets. 

Please note:  We recommend driving these sheet metal screws with 
the above special hex driving tool.  The slotted, Phillips, hex and 
square drives make it convenient for disassembly.

A Modern Up to Date 
Roll Threading Machine

at our Affi liate, Avanti Screw.

FOUR DRIVES IN 
ONE HEAD

STOCK JAR    WT. PER STD.                          SUGGESTED  
  NO. UPC NO. DIAMETER LENGTH PKG. PKG.                   TRADE LIST PRICE PER 100 

     

  QDS152 39100 8 1/2 .40 100  
  QDS153 39101 8 3/4 .49 100 
 Q DS154 39102 8 1 .55 100 
  QDS156 39103 10 3/4 .55 100 
  QDS158 39104 10 1 .67 100 
        
 
 Q DS181 39106 10 3/4 .65 100 
 Q DS182 39107 10 1 .80 100 
  QDS183 39108 10 11/4 .89 100 
 Q DS184 39109 10 11/2 1.01 100 
 Q DS185 39110 10 2 1.32 100 
 Q DS80 39111 10 21/2 1.47 100 
  QDS171 39112 12 1 .98 100 
  QDS172 39113 12 11/4 1.14 100 
 QDS174 39114 12 2 1.62 100 
NOT AVAILABLE IN STAINLESS STEEL AT THIS TIME

         ONLY  
METALLICS

America’s Newest Drive - Designed, developed and 
manufactured by Metallics/Avanti Screw

America’s Newest Drive - Designed, developed and 
manufactured by Metallics/Avanti Screw

SCREWS

1/4” HEAD USE MT208B CHUCK, SEE PAGE

5/16” HEAD USE MT210B CHUCK, SEE PAGE

  6.87/c
  7.36/c
  7.88/c
  7.63/c
  8.34/c

  7.88/c
  8.67/c
  8.97/c
  9.56/c
11.06/c
13.54/c
10.60/c
11.20/c
13.98/c
  

AMERICA’S SOURCE FOR PREMIER & INNOVATIVE FASTENERS

A

SCREWS
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Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate
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SCREWS

A
QUIK-EZE SHEET METAL 

SCREWS
High Performance Self-Piercing Screw

Indented Hex Washer Slotted Head
STEEL ZINC CHROMATE

A Double Lead Thread means 
twice the driving speed!

A strong, positive drive fastener that locks onto the square drive bit—used in diffi cult-to-apply areas
See page SQUARE DRIVE INSERT BITS for proper driver.

TEK SELF-DRILLING & TAPPING SCREWS
Square Drive Recess Pan Head

STEEL ZINC CHROMATE

ECONOMICAL SWAGED POINT

STOCK   JAR   WT. PER STD. PKG/                      SUGGESTED  
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE          TRADE LIST PRICE PER 100 

 JTEKS1  80323 8 1/2 .30 100/500 
  JTEKS3  80324 8 5/8 .35 100/500 
 JTEKS2  80325 8 3/4 .45 100/500 
 JTEKS14  80326 8 1 .55 100/500 
 JTEKS5  80327 10 1/2 .51 100/500 
  JTEKS8  80328 10 5/8 .54 100/500 
 JTEKS6  80329 10 3/4 .57 100/500 
 JTEKS7  80330 10 1 .72 100/500 
 JTEKS15  80331 10 11/4 .87 100/500 
 JTEKS19  80332 10 11/2 1.02 100/500 

STOCK   JAR   WT. PER  STD. PKG/                   SUGGESTED  
  NO.  UPC NO. DIAMETER LENGTH PKG.  MSTR. SLEEVE           TRADE LIST PRICE PER 100 

1/4” HEAD—USE MT208B CHUCK, SEE PAGE 152
 JQK1  80314 7 1/2 .26 100/500 
 JQK5  80315 8 1/2 .36 100/500 
 JQK10  80316 8 3/4 .45 100/500 
 JQK15  80317 8 1 .55 100/500 
 JQK17  80318 8 11/2 .70 100/500 
 JQK19  80319 8 2 .89 100/500 
 JQK20  80320  10  1/2 .48 100/500 
 JQK25  80321 10 3/4 .51 100/500 
 JQK30  80322 10 1 .65 100/500 
 
             
1000 PACK                                                  
 QK1M  10660 7 1/2 2.60 1000   
 QK5M  10661 8 1/2 3.00 1000 
 QK10M  10662 8 3/4 3.90 1000 
 QK15M  10663 8 1 4.90 1000  
 QK17M  10664 8 11/2 7.00 1000 
 QK19M  10665 8 2 8.90 1000   
 QK20M  10666 10 1/2 4.80 1000 
 QK25M  10667 10 3/4 5.90 1000 
 QK30M  10668 10 1 7.10 1000 

OTHER SIZES AVAILABLE BY REQUEST

OTHER SIZES AVAILABLE BY REQUEST

OTHER SIZES AVAILABLE BY REQUEST

All quick-eze sheet metal screws in 1000 pieces are packaged in a square plastic jar.

  3.90/c
  2.92/c
  3.22/c
  3.46/c
  4.96/c
  7.63/c
  3.49/c
  3.98/c
  4.33/c

SUGGESTED 
TRADE LIST PRICE PER 1000

29.92/m
32.21/m
46.16/m
71.01/m
32.51/m
37.06/m
40.19/m

  6.38/c
  6.76/c
  7.60/c
  8.47/c
10.06/c
12.26/c
10.68/c
11.66/c
12.89/c
14.72/c

23

36.21/m
27.11/m



TEK SELF-DRILLING & TAPPING SCREWS
HEX WASHER HEAD

STEEL ZINC CHROMATE ECONOMICAL SWAGED POINT

TEK SELF-DRILLING & TAPPING SCREWS
PHILLIPS PAN HEAD 
STEEL ZINC CHROMATE ECONOMICAL SWAGED POINT

Not recommended for structural steel or bar joist. See Traxx™ Heavy Duty TEK Screws.  Stainless steel available by request.

STOCK  JAR   WT. PER STD. PKG/                 SUGGESTED  
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE         TRADE LIST PRICE PER 100 

8-10 HAS A #2 TEK 1/4” HEAD—USE MT208B CHUCK, SEE P. 152 
 JTEKD1  80345 8 1/2 .39 100/500 
 JTEKD16  80346 8 5/8 .35 100/500 
 JTEKD2  80347 8 3/4 .50 100/500 
 JTEKD14  80348 8 1 .59 100/500 
 JTEKD15  80349 8 11/2 .67 100/500 
 JTEKD4  80350 10 1/2 .44 100/500 
 JTEKD3  80351 10 3/4 .56 100/500 

8-10 HAS A #2 TEK 5/16” HEAD—USE MT210B CHUCK, SEE P. 152
 JTEKD5  80352 10 1/2 .58 100/500 
 JTEKD17  80353 10 5/8 .54 100/500 
 JTEKD6  80354 10 3/4 .70 100/500 
 JTEKD7  80355 10 1 .87 100/500 
  JTEKD18  80356 10 11/4 .99 100/500 
 JTEKD19  80357 10 11/2 1.14 100/500 

12-14 HAS A #3 TEK 5/16” HEAD—USE MT210B CHUCK, SEE P. 152 
 JTEKD12  80358 10 3/4 .70 100/500 
 JTEKD13  80359 10 1 .76 100/500 
 JTEKD22  80360 10 2 1.31 100/500 
 JTEKD20  80361 12 3/4 .88 100/500 
 JTEKD8  80362 12 1 1.01 100/500 
 JTEKD21  80363 12 11/2 1.35 100/500 
 JTEKD32  80364 12 2 1.75 100/500 

12-14 HAS A #3 TEK 3/8” HEAD—USE MT212B CHUCK, SEE P. 152 
 JTEKD9  80365 14 3/4 1.11 100/500 
 JTEKD10  80366 14 1 1.30 100/500 
 JTEKD11  80367 14 11/2 1.75 100/500 
 JTEKD34  80368 14 2 2.50 100 
OTHER SIZES AVAILABLE BY REQUEST

STOCK   JAR   WT. PER STD. PKG/                SUGGESTED 
  NO.  UPC NO. DIAMETER LENGTH               PKG.             MSTR. SLEEVE         TRADE LIST PRICE PER 100 
 JTEK10P  80333 6 1/2 .24 100/500 
 JTEK11P  80334 6 3/4 .26 100/500 
 JTEK12P  80335 6 1 .29 100/500 
 JTEK1P  80336 8 1/2 .39 100/500 
 JTEK2P  80337 8 3/4 .49 100/500 
 JTEK14P  80338 8 1 .48 100/500 
 JTEK15P  80339 8 11/2 .67 100/500 
 JTEK4P  80340 10 1/2 .51 100/500 
 JTEK3P  80341 10 3/4 .57 100/500 
 JTEK7P  80342 10 1 .72 100/500 
 JTEK18P  80343 10 11/4 .87 100/500 
 JTEK19P  80344 10 11/2 1.02 100/500 
                                           NOTE:  6 HAS A #1 POINT; 8 THRU 10 HAS A #2 POINTOTHER SIZES AVAILABLE BY REQUEST

  6.13/c
  6.89/c
  7.36/c
  6.43/c
  6.89/c
  7.63/c
10.11/c
  8.88/c
  9.97/c
10.74/c
12.10/c
13.03/c

  6.59/c
  6.76/c
  7.19/c
  7.63/c
  9.59/c
  8.15/c
  8.23/c
  
  8.12/c
  8.75/c
  9.51/c
  9.89/c
10.57/c
11.66/c

10.25/c
11.17/c
16.32/c
12.73/c
14.42/c
16.68/c
18.69/c

16.57/c
18.86/c
21.15/c
33.57/c

A

SCREWS
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SCREWS

A
QUADRIVE TEK SELF-DRILLING

AND TAPPING SCREWS
FIRST IN THE WORLD

STEEL ZINC CHROMATE ECONOMICAL SWAGED POINT

FOUR DRIVES IN 
ONE HEAD

STOCK JAR    WT. PER STD. PKG/                        SUGGESTED 
  NO. UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE          TRADE LIST PRICE PER 100 

  8-10 HAS A #2 TEK 1/4” HEAD   USE MT208B CHUCK see page 152 

 QTEKD1 39120 8 1/2 .39 100/500 
  QTEKD2 39121 8 3/4 .50 100/500 
  QTEKD14 39122 8 1 .59 100/500 
 Q TEKD4 39123 10 1/2 .44 100/500 
  QTEKD3 39124 10 3/4 .56 100/500 

  8-10 HAS A #2 TEK 5/16” HEAD   USE MT210B CHUCK see page 152 

 Q TEKD5 39125 10 1/2 .58 100/500 
 Q TEKD17 39126 10 5/8 .54 100/500 
 Q TEKD6 39127 10 3/4 .70 100/500 
 Q TEKD7 39128 10 1 .87 100/500 
   QTEKD18 39129 10 11/4 .99 100/500 
 Q TEKD19 39130 10 11/2 1.14 100/500 

  10-12 HAS A #3 TEK 5/16” HEAD  USE MT210B CHUCK see page 152 

 Q TEKD12 39135 10 3/4 .70 100/500 
 Q TEKD13 39136 10 1 .76 100/500 
 Q TEKD20 39137 12 3/4 .88 100/500 
 Q TEKD8 39138 12 1 1.01 100/500 

      ONLY  
METALLICS

HELPFUL HINTS: FROM METALLICS

  7.58/c
  8.28/c
  8.77/c
  9.13/c
  9.46/c

  9.13/c
  9.46/c
  9.86/c
10.93/c
11.72/c
12.51/c

10.06/c
10.93/c
10.98/c
12.40/c

AMERICA’S SOURCE FOR PREMIER & INNOVATIVE FASTENERS

www.metal l icsonl ine.com 25

Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate
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STOCK JAR  SIZE/ STD.                                SUGGESTED  
NO. UPC NO. DESCRIPTION HEAD STYLE QTY.                     TRADE LIST PRICE PER 100
WITH BONDED™ WASHER 
 TGW9151 25735 9-15 x 1 1/4" Hex Washer Head 50 

WITHOUT WASHER 
 TG9151 25740 9-15 x 1 1/4" Hex Head 50 

TRAXX™ HEAVY DUTY TEK SCREWS
HEAVY DUTY STEEL-TO-STEEL APPLICATION

Self-drilling fasteners for structural steel or bar joists up to 1/2” thick
Milled drill point  •  Climaseal™ Finish

• Unique double fl uted point dramatically improves drilling per-
formance over conventional TEK screws.

• Attaches items directly to structural steel or bar joist.
• Climaseal™ fi nish resists corrosion.
• Engineered for faster drilling with less effort.
• The only fastener recommended for hanging jack chain without 

pre-drilling.
• We recommend using W113 Fender Washer 1/4 x 1 with 

Traxx™ to ensure proper grip on jack chain.
• Meets ICBO approvals

 STOCK JAR SIZE SIZE/ DRILL STD.                             SUGGESTED  
 NO. UPC NO. DESCRIPTION HEAD STYLE POINT QTY.                 TRADE LIST PRICE PER 100
  TXV12114 25730 12-24 X 11/4 5/16" Hex Washer Head #5 50 
TRAXX™ and Climaseal™ are registered trademarks

TRUGRIP™ METAL TO 
WOOD SCREWS

SELF-DRILLING FASTENERS FOR ATTACHING ROOF AND WALL 
METAL PANELS OVER INSULATION TO WOOD FRAMING.

GIMLET DRILL POINT.
AVAILABLE WITH OR WITHOUT WASHER.

A SPECIALTY SCREW IN SQUARE JAR OF 50
Climaseal™ fi nish provides excellent corrosion

resistance and lower tapping torque.

TRUGRIP™ and Climaseal™ are registered trademarks

Only Metallics
has the

HARD BODY PAC

Bristol ,  CT •  Mancos,  CO

CONSTRUCTION FASTENERS  •  IN SQUARE PLASTIC JAR  

CONSTRUCTION FASTENERS  •  IN SQUARE PLASTIC JAR    

OTHER SIZES AVAILABLE BY REQUEST

OTHER SIZES AVAILABLE BY REQUEST

SCREWS

22.46/c

11.56/c

99.36/c

A

SCREWS

26
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SCREWS

A
• Patented convex point has precise cutting edges to improve drill performance with less effort.
• Special winged fasteners ream a hole in wood preventing thread engagement during drilling.
• Wafer head design has a large bearing surface ideal for plywood.
• Flat head design countersinks and seats fl ush in wood.
• Climacoat™ fi nish resists corrosion.
• Specialty screw in packages of 50.

STOCK JAR  HEAD DRILL STD.                        SUGGESTED 
NO. UPC NO. DESCRIPTION STYLE POINT QTY.                 TRADE LIST PRICE PER 100 
 TW101716 25745 10-24 x 17/16 Phillips/Flat Head #3 50 
  TW12212 25750 12-24 x 23/4 Phillips/Flat Head #4 50 

TRAXX™ WOOD TO METAL FASTENERS
FAST, EFFICIENT ATTACHMENT OF WOOD TO STEEL FRAMING WITH NO PRE-DRILLING.

MUST BE USED IN 16 GAUGE STEEL OR GREATER FOR ENGAGEMENT.

TRAXX™ METAL TO METAL FASTENERS
SELF DRILLING FASTENERS FOR ATTACHING STANDING ROOF CLIPS

 AND WALL/ROOF METAL PANELS TO STEEL FRAMING (GIRT/PURLIN/BAR JOIST).
•  Hex Head Style.
• Milled drill point
•  Available with or without integral washer.
•  Specialty screw in packages of 50.
• Climaseal™ fi nish.

STOCK JAR  SIZE/ DRILL STD.             SUGGESTED  
NO. UPC NO. DESCRIPTION HEAD STYLE POINT QTY.        TRADE LIST PRICE PER 100 

  WITHOUT  WASHER 
 TX1234 25755 12-14 x 3/4 5/16"  /Hex Head #3 50  
 TX1478 25760 1/4-14 x 7/8 5/16"  /Hex Head #1 50 

  WITH MAXISEAL™ WASHER 
 TXW1234 25765 12-14 x 3/4 1/4" /Hex Washer Head #3 50 
 TXW1478 25770 1/4-14 x 7/8 1/4" /Hex Washer Head #1 50 

  SCOTS™ STAINLESS STEEL (WITH WASHER)
 TX12114SS 25775 12-14 x 11/4 1/4" /Hex Washer Head #2 50 

TRAXX™ and Climacoat™ are registered trademarks

TRAXX™ and Climaseal™ are registered trademarks

CONSTRUCTION FASTENERS  •  IN SQUARE PLASTIC JAR  

CONSTRUCTION FASTENERS  •  IN SQUARE PLASTIC JAR  

Only Metallics
has the

HARD BODY PAC

Bristol ,  CT •  Mancos,  CO

OTHER SIZES AVAILABLE BY REQUEST

OTHER SIZES AVAILABLE BY REQUEST

  48.46/c
102.62/c

  38.03/c
  41.32/c

  49.64/c
  58.64/c

114.78/c

27
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WOOD SCREWS
FLAT HEAD PHILLIPS

STEEL ZINC PLATED

FOR FULL THREAD REFER TO FLAT HEAD PHILLIPS SHEET METAL SCREW PG 19 

STOCK JAR   WT. PER STD. PKG/       SUGGESTED  
  NO. UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE       TRADE LIST PRICE PER 100 
 JFWP10 80369 6 3/4 .24 100/500 
 JFWP11 80370 6 1 .31 100/500 
 JFWP18 80371 8 3/4 .35 100/500 
 JFWP19 80372 8 1 .45 100/500 
 JFWP20 80373 8 11/4 .56 100/500 
 JFWP21 80374 8 11/2 .70 100/500 
 JFWP22 80375 8 2 .92 100/500 
 JFWP24 80376 8 3 1.35 100/500 
 JFWP28 80377 10 3/4 .47 100/500 
 JFWP29 80378 10 1 .61 100/500 
 JFWP30 80379 10 11/4 .76 100/500 
 JFWP31 80380 10 11/2 .92 100/500 
 JFWP32 80381 10 2 1.19 100/500 
 JFWP33 80382 10 21/2 1.49 100 
 JFWP40 80383 12 11/4 .99 100/500 
 JFWP41 80384 12 11/2 1.18 100/500 
 JFWP42 80385 12 2 1.59 100/500 
 JFWP43 80386 12 21/2 1.94 100 

OTHER SIZES AVAILABLE BY REQUEST

50 PCS. Silver Claw Zinc plated Regular Point
20 PCS 1/4” Flat Washers Zinc plated 

1 #2 x 2” Sq/Dr Pwr Bit
see pages 67-70

MSCJ1
Silver Claw

METALLICS/AVANTI SCREW
 IS MANUFACTURING 

THE

KIT INCLUDES

SCREW 
&

ANCHOR 
IN ONE

  4.31/c
  4.61/c
  4.61/c
  4.74/c
  5.15/c
  5.78/c

  7.79/c
13.74/c
  5.67/c

  
5.15/c

  
6.70/c

  
7.79/c

  
9.21/c

11.96/c

  
8.72/c

  
9.56/c

10.74/c
19.32/c

A

SCREWS
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Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate

Metallics Inc
Rectangle
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SCREWS

A

100 PACK
 JDWS1C  80387 6 1 .36 100/500 
 JDWS3C  80388 6 11/4 .40 100/500 
 JDWS4C  80389 6 15/8 .53 100/500 
 JDWS5C  80390 6 2 .61 100/500 
 JDWS6C  80391 6 21/4 .80 100/500 
 JDWS7C  80392 8 21/2 1.08 100/500 
 JDWS9C  80393 8 3 1.30 100 
  

1000 PACK IN SQUARE PLASTIC JAR                
                                                   
 JDWS1M  27001 6 1 3.5 1000 
 JDWS3M  27007 6 11/4 4.1 1000 
 JDWS4M  27010 6 15/8 5.2 1000 
 JDWS5M  27013 6 2 7.4 1000 
 JDWS6M  27016 6 21/4 8.0 1000 
 JDWS7M  27019 8 21/2 10.8 1000 
 JDWS9M  27025 8 3 13.0 1000 

BULK PACK IN CARTON

 JDWS1B  27002 6 1 35.0 10,000 
 JDWS3B  27008 6 11/4 32.8 8000 
 JDWS4B  27011 6 15/8 26.0 5000 
 JDWS5B  27014 6 2 25.9 3500 
 JDWS6B  27017 6 21/4 24.0 3000 
 JDWS7B  27020 8 21/2 27.0 2500 
 JDWS9B  27026 8 3 26.0 2000 

Fine thread for hardwood, light gauge steel and light gauge aluminum. 
This product for light applications has become the screw of choice among American tradesmen.

Prolonged use in moist conditions will cause this product to oxidize.
See stainless steel section for a more permanent application.

USE #2 PHILLIPS POINT INSERT OR POWER BIT

SELF-PIERCING DRYWALL SCREWS
FINE THREAD

For use in up to “20 Gauge” Steel Stud
PHILLIPS BUGLE HEAD

BLACK PHOSPHATE FINISH

Power Bit included free in 1000 pack
Save  over 100 pack

3 Power Bits included free in bulk pack
Save  over 100 pack

STOCK   JAR   WT. PER STD. PKG./    SUGGESTED  
  NO.  UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE     TRADE LIST PRICE PER 100 

SUGGESTED 
TRADE LIST PRICE PER 1000

SUGGESTED 
TRADE LIST PRICE PER PKG.

  3.32/c
  3.38/c
  3.98/c
  5.45/c

  5.83/c

  9.05/c
10.57/c

30.66/m
31.28/m
37.09/m
50.90/m
54.25/m
84.01/m
98.40/m

263.64/ea
215.82/ea
159.41/ea
152.35/ea
139.79/ea
180.89/ea
169.22/ea

Only Metallics
has the

HARD BODY PAC

Bristol ,  CT •  Mancos,  CO

PACKED WITH PRIDE
  As a part of our Quality Program, each shipment and each single carton leaving 
our facilities has a label affi xed to it, indicating the person who packed the order.
HARD BODY PACKING
  With the initiation of Hard Body Packing in 1993, not one single shipment has 
been rejected by a distributor because of damage in over fourteen years!
  When you, the distributor, compare price and performance to other fastener 
suppliers, please compare our Hard Body Packing to the way they ship products.
  We do it the right way--the quality way.

29
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FLAT HEAD PHILLIPS DECK SCREWS 

STOCK  JAR DIAMETER  WT. STD.     SUGGESTED   
  NO.  UPC NO. THREAD LENGTH PER PKG. PKG.  TRADE LIST PRICE PER 100 

100 PACKS     
 JGDS0  81679 6 1 .34 100 
 JGDS1  81680 6 11/4 .38 100 
  JGDS2  81681 6 15/8 .48 100 
 JGDS3  81682 6 2 .63 100 
 JGDS4  81683 8 21/2 1.04 100  
 JGDS5  81684 8 3 1.20 100 
 JGDS6  81685 10 31/2 1.82 100 
 JGDS7  81686 10 4 2.50 100 

500 PACKS                                
 JGDS1V 80412 6 11/4 1.87 500 
 JGDS2V 80418 6 15/8 2.40 500 
 JGDS3V 80419 6 2 3.14 500 
 JGDS4V 80420 8 21/2 5.21 500 
 JGDS5V 80421 8 3 6.02 500 
 JGDS6V 82725 10 31/2 9.09 500 
 JGDS7V 82726 10 4 12.50 500 
                      
1000 PACKS                                 
 JGDS1M 82730 6 11/4 3.74 1000 
 JGDS2M 82731 6 15/8 4.81 1000 
 JGDS3M 82732 6 2 6.29 1000 
 JGDS4M 82733 8 21/2 10.42 1000 
 JGDS5M 82734 8 3 12.05 1000 
 JGDS6M 82735 10 31/2 18.18 1000 
 JGDS7M 82736 10 4 25.00 1000 

COARSE THREAD
HARDENED STEEL ZINC DICHROMATE

Now available in 100, 500 and 1000
GOLD DECK SCREWS "YELLOW ZINC"

1 Power Bit included free in 500 pack Save 

1 Power Bit included free in 1000 pack Save 

Bit NOT included

For all-weather wood applications

500 & 1000 PACKS SUPPLIED IN JARS

SCREWS

SUGGESTED 
TRADE LIST PRICE PER EA PKG.

Our persistence and determination to ship the same day and maintain the highest fi ll rate in America among 
fastener suppliers to the distributor market is not by accident. In all our management offi ces, this quotation is 
displayed:

Nothing in the world can take the place of persistence.
Talent will not; nothing is more common than unsuccessful men with talent.

Genius will not; unrewarded genius is almost a proverb.
Education will not; the world is full of educated derelicts.

Persistence and determination alone are omnipotent.
     - Calvin Coolidge

The secret is out: "Our motivation starts at the top."

A

SCREWS

SUGGESTED 
TRADE LIST PRICE PER 1000

      3.38/c
      3.38/c
      3.98/c
      5.45/c
      9.05/c
    10.57/c
    16.87/c
    17.79/c

  15.64/ea
  18.56/ea
  25.29/ea
  40.63/ea
  49.05/ea
  78.32/ea
  82.62/ea

  30.36/m
  35.86/m
  49.05/m
  81.23/m
  95.05/m
151.76/m
160.04/m
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SCREWS

A

Stock
Number
Stock

Number
UPC# Size Wt. Per

Jar
Wt. Per

Jar
STD PKG/

MST. Sleeve
STD PKG/

MST. Sleeve
Suggested

Trade List Per 100
Suggested

Trade List Per 100

JDWC1C

JDWC3C

JDWC4C

JDWC5C

JDWC6C

JDWC7C

JDWC9C

#6 x 1”

#6 x 2”

#6 x 2-1/4”

#8 x 2-1/2”

#8 x 3”

#6 x 1-1/4”

#6 x 1-5/8”

.38

.40

.53

.61

.80

1.08

1.30

90501

90503

90504

90505

90506

90507

90509

100/500

100/500

100/500

100/500

100/500

100/500

100/500

$3.98/c

$4.06/c

$4.77/c

$6.49/c

$6.98/c

$9.05/c

$10.57/c

Metallics Inc.

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Self-Piercing Drywall Screws
Coarse Thread

Phillips Bugle Head

Black Phosphate Finish

Coarse Thread used in many Applications

Wood to Wood, Drywall to Wood, and Cabinet Installations

�

�

�

�

�

Distributor Markup 150%Distributor Markup 150%

MANCOS COBRISTOL CT

Metallics Inc.

FOR INFORMATION CALL
METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

                   229 CROSS ST, BRISTOL, CT                    651 NORTH MAIN ST, MANCOS, CO

31

• Coarse Thread
• Phillips Bugle Head

• Black Phosphate Finish
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1”

1-1/4” 

1-5/8” 

2 ” 

2-1/2” 

3 ” 

Black Phosphate
     Finish 

Self Piercing
     Drywall Screws 

Can be used in
Hardwood,

      Light gauge steel 
and

        Light aluminum  

Please call
Metallics at (800) 243-8272 or Metallics West at (800) 269-5183  

DWSK1 Kit Contains:
Stock  

Number 
UPC # Description Weight  

Per Kit 
Suggested 

Trade Price 

DWSK1 12712 

(75)  6 x 1”  Drywall Screw 

1.5 lbs. $13.92

(50) 6 x 1-1/4” Drywall Screw

(40) 6 x 1-5/8” Drywall Screw

(30) 6 x 2” Drywall Screw

(20) 8 x 2-1/2” Drywall Screw

(20) 8 x 3” Drywall Screw

(1) #2 x 2”  Phillips Power Bit 

New

12/2005 

Metallics Inc. 
Drywall Screw Kit 

(Fine Thread) 
Catalog # DWSK1 

#2  x 2” Phillips Power Bit 

Stock
Number

UPC# Size Wt. Per
Jar

STD PKG/
MST. Sleeve

Suggested
Trade List

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

$25.29/ea

Distributor Markup 150%

Metallics Inc.

FOR INFORMATION CALL
METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

                   229 CROSS ST, BRISTOL, CT                    651 NORTH MAIN ST, MANCOS, CO
                             

A

SCREWS
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Metallics Inc.

[Fine Thread]
Catalog # DWSK1

Drywall Screw Kit
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SCREWS

A

Trim Head Screw Kit
Catalog # THSK1

BLACK PHOSPHATE FINISH

SQUARE DRIVE

TRIM HEAD SHARP POINT

FOR ATTACHING WOOD TRIM
TO WOOD OR METAL STUDS

�

�

�

�

Stock
Number
Stock

Number
UPC# Description Weight

per Kit
Weight
per Kit

81794 1.5 lbs.

THSK1 ContainsTHSK1 Contains

Metallics Inc.

Suggested
Trade List Ea.

Suggested
Trade List Ea.

25.29/eaTHSK1
100 pcs #6x1, 75pcs#6x1-5/8

50 pcs #6x2-1/4 50 pcs #8x3

Distributor Markup 150%Distributor Markup 150%

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183
MANCOS COBRISTOL CT

Metallics Inc.

FOR INFORMATION CALL
METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

                   229 CROSS ST. BRISTOL, CT                    651 NORTH MAIN ST. MANCOS, CO

33
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STOCK                                                   WT. PER                STD.                     SUGGESTED
  NO. UPC NO. DIAMETER           LENGTH                PKG.                  PKG.         TRADE LIST PRICE PER 100
 JPDS1C 80403 6 

7/16 .35 100 

1000 PACK IN SQUARE PLASTIC JAR      
  PDS1M 27081 6 7/16 3.10 1000 

BULK PACK
 PDS1B 27082 6 7/16 46.50  15,000/carton 

SELF-DRILLING & TAPPING 
DRYWALL FRAMING SCREWS

For use in up to “12 Gauge” Steel Stud
PHILLIPS PAN HEAD/SWAGED DRILL POINT/BLACK PHOSPHATE FINISH

A drill bit point to speed installation and proper thread seating.
Ideal for light-to-medium duty steel and aluminum, metal-to-metal application.  

Low profi le deep Phillips recess.

STOCK                                                                                         WT. PER                      STD.               SUGGESTED 
  NO. UPC NO.      DIAMETER    LENGTH                  PKG.                       PKG                           TRADE LIST PRICE PER 

JPDW1C 80401 6 7/16 .28 100 
      
      
J PDW1M 27031 6 7/16 2.80 1000 

BULK PACK IN BOX CARTON
 PDW1B 27032 6 7/16 42.00 15,000/carton 

SELF-PIERCING DRYWALL 
FRAMING SCREWS
For use in up to “20 Gauge” Steel Stud
PHILLIPS PAN HEAD/BLACK PHOSPHATE FINISH

Ideal for light duty steel and aluminum 
metal-to-metal application.

Low profi le deep Phillips recess.

Power Bit included free in 1000 pack

3 Power Bits included free in bulk pack

Power Bit included free in 1000 pack

3 Power Bits included free in bulk pack

1000 PACK IN SQUARE PLASTIC JAR

100 PCS Silver Claw Zinc Plated Regular Point
40 PCS 1/4” Flat Washer Zinc Plated 

1 #2 x 2 Sq/Dr Pwr Bit
see pages 67-70

MSCJ2
Silver Claw

              3.24/c

          30.22/m

390.87/ea pkg

             3.84/c

           30.22/c

390.87/ea pkg

Metallics/Avanti Screw
 is manufacturing the

Screw & Anchor
in one

Kit Includes

A

SCREWS

34

Manufactured by 
Avanti Screw, Inc.,

 A Metallics
Affi liate

Metallics Inc
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SCREWS

A

STOCK  JAR     WT. PER WT. PER.      SUGGESTED 
  NO. UPC NO.         DIAMETER  LENGTH BIT PKG. MSTR. SLEEVE            TRADE LIST PRICE PER 

SELF-DRILLING & TAPPING
DRYWALL SCREWS FINE THREAD

For use in up to “12 Gauge” Steel Stud
PHILLIPS BUGLE HEAD/ZINC FINISH/SWAGED DRILL POINT

This product, for light applications, has become the screw of choice among American tradesmen for wood, 
drywall, steel and aluminum application.  Prolonged use in moist conditions will cause this product to oxidize.  

See stainless steel section for a more permanent application.  Use Phillips point insert or power bit.

Designed to penetrate drywall, and 
drill and tap a hole in metal studs up to 
12 gauge thickness.

Power Bit included free in 1000 pack

3 Power Bits included free in bulk pack

100 PACK  
 JSDS1C 80405 6 1 #1 .38 100/500  
J SDS3C 80406 6 11/4 #1 .46 100/500   
J SDS4C 80407 6 15/8 #1 .58 100/500   
 JSDS5C 80408 6 17/8 #1 .70 100/500   
 JSDS7C 80409 8 25/8 #2 1.15 100/500  
 JSDS9C 80410 8 3 #2 1.33 100   
 1000 PACK IN SQUARE PLASTIC JAR      
 SDS1M 27051 6 1 #1 3.80 1000 
 SDS3M 27057 6 11/4 #1 4.60 1000 
 SDS4M 27060 6 15/8 #1 5.80 1000 
 SDS5M 27063 6 17/8 #1 7.00 1000 
 SDS7M 27069 8 25/8 #2 11.50 1000 
 SDS9M 27075 8 3 #2 13.30 1000 

BULK PACK IN BOX CARTON
 SDS1B 27052 6 1 #1 38.00 10000 
 SDS3B 27058 6 11/4 #1 36.80 8000 
 SDS4B 27061 6 15/8 #1 29.00 5000 
 SDS5B 27064 6 17/8 #1 28.00 4000 
 SDS7B 27070 8 25/8 #2 23.00 2000 
 SDS9B 27076 8 3 #2 19.95 1500 

50 PCS Silver Claw Zinc Plated Regular Point
with Painted White Heads

20 PCS 1/4” Flat Washers Painted White
1 #2 x 2” Sq/Dr Pwr Bit

MSCJ3
Silver Claw

             3.90/c
             4.61/c
             6.27/c
             7.52/c
           10.87/c
           11.20/c

          36.19/m
          42.92/m
          58.26/m
          69.90/m
        101.18/m
        103.93/m

294.30/ea pkg
249.86/ea pkg
240.35/ea pkg
171.68/ea pkg
134.29/ea pkg

Kit Includes

Metallics/Avanti Screw
 is manufacturing

the
Screw & Anchor 

in One

see pages 67-70

35
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SELF-PIERCING DRYWALL
WAFER HEAD SCREWS FINE THREAD

PHILLIPS WAFER HEAD/ZINC FINISH

STOCK JAR   WT. PER STD.             SUGGESTED  
  NO. UPC NO. DIAMETER LENGTH PKG. PKG.             TRADE LIST PRICE PER 

 JWDW1C 80411 8 1/2 .40 100 
 JWDW2C 80412 8 3/4 .60 100 
 JWDW3C 80413 8 1 .80 100 
      
1000 PACK IN VISUAL PLASTIC JAR    
 WDW1M 27034 8 1/2 4.0 1000 
 WDW2M 27091 8 3/4 6.0 1000 
 WDW3M 27092 8 1 8.0 1000 

BULK PACK IN BOX CARTON
 WDW1B 27035 8 1/2 40.0 10000 
 WDW2B 27093 8 3/4 60.0 10000 
 WDW3B 27094 8 1 80.0 10000 

Ideal for light-duty steel and aluminum, metal-to-
metal application.  Large diameter head provides 
greater holding surface.

STOCK JAR   WT. PER STD.       SUGGESTED 
  NO. UPC NO. DIAMETER LENGTH PKG. PKG.       TRADE LIST PRICE PER 
 JWDS1C 80414 8 1/2 .51 100 
 JWDS2C 80415 8 3/4 .60 100 
J WDS4C 80316 8 11/4 .82 100 
      
1000 PACK IN VISUAL PLASTIC JAR  
 WDS1M 27084 8 1/2 3.50 1000 
 WDS2M 27095 8 3/4 4.50 1000 
  WDS4M 27098 8 11/4 7.90 1000 

BULK PACK IN BOX CARTON
 WDS1B 27085 8 1/2 35.00 10000 
 WDS2B 27096 8 3/4 45.00 10000 
 WDS4B 27097 8 11/4 79.00 10000 

SELF-DRILLING & TAPPING
DRYWALL WAFER HEAD SCREWS 

FINE THREAD
PHILLIPS WAFER HEAD/SWAGED DRILL POINT/ZINC FINISH

FOR USE IN UP TO “12 GAUGE” STEEL STUD

For metal-to-metal application. 
Large diameter head provides greater 
holding surface.  Ideal for metal lathe to 
metal studs up to 12 gauge thickness.

Power Bit included free in 1000 pack

3 Power Bits included free in bulk pack

FOR USE IN UP TO “20 GAUGE” STEEL STUD

Power Bit included free in 1000 pack

3 Power Bits included free in bulk pack

             3.68/c
             4.06/c
             4.74/c

          34.34/m
          38.01/m
          44.15/m

294.30/ea pkg
324.96/ea pkg
380.14/ea pkg

            3.57/c
            3.92/c
            5.59/c

         32.81/m
         36.49/m
         52.71/m

285.12/ea pkg
312.69/ea pkg
447.60/ea pkg

AMERICA’S SOURCE FOR PREMIER & INNOVATIVE FASTENERS

SECURITY SCREWS AND TOOLS

A

36

Stock
Number

UPC# Description Weight
per Kit

THSK1 Contains

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Suggested
Trade List
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SECURITY SCREWS AND TOOLS

A

STOCK JAR   WT. PER STD. PKG./     SUGGESTED 
  NO. UPC NO. DIAMETER LENGTH PKG. MSTR. SLEEVE                TRADE LIST PRICE PER

This product for light applications has become the screw of choice among
American tradesmen for wood, drywall, steel and aluminum application.

Prolonged use in moist conditions will cause this product to oxidize.
See stainless steel section for a more permanent application. 

USE #2 SQUARE DRIVE INSERT OR POWER BIT SEE PG 152

SELF-PIERCING SQUARE DRIVE
DRYWALL SCREWS COARSE THREAD

For use in drywall-wood applications
BUGLE HEAD

BLACK PHOSPHATE FINISH

3 Power Bits included free in bulk pack

100 PACK
 JDWSR1C 80394 6 1 .36               100/500 
 JDWSR3C 80395 6 11/4 .40               100/500 
 JDWSR4C 80396 6 15/8 .53               100/500 
 JDWSR5C 80397 6 2 .61               100/500 
 JDWSR6C 80398 6 21/4 .80               100/500 
 JDWSR7C 80399 8 21/2 1.08               100/500 
 JDWSR9C 80400 8 3                   1.30                      100 
        
         

1000 PACK IN VISUAL PLASTIC JAR                                        
 DWSR1M 26066 6 1 3.5                 1000 
 DWSR3M 26069 6 11/4 4.1                 1000 
 DWSR4M 26072 6 15/8 5.2                 1000 
 DWSR5M 26075 6 2 7.4                 1000 
 DWSR6M 26078 6 21/4 8.0                 1000 
 DWSR7M 26081 8 21/2 10.8                 1000  
 DWSR9M 26084 8 3 13.0                 1000 

BULK PACK IN BOX CARTON
 DWSR1B 26067 6 1 35.0              10,000 
 DWSR3B 26070 6 11/4 32.8                8000 
 DWSR4B 26073 6 15/8 26.0                5000 
 DWSR5B 26076 6 2 25.9                3500 
 DWSR6B 26079 6 21/4 24.0                3000 
 DWSR7B 26082 8 21/2 27.0                2500 
 DWSR9B 26085 8 3 26.0                2000 

Power Bit included free in 1000 pack

THIS PRODUCT AVAILABLE ONLY IN COARSE THREAD

Stock
Number

UPC# Description Weight
per Kit

THSK1 Contains

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Suggested
Trade List

If you can’t find the fastener
you are looking for, call and 
experience the Metallics 
difference. ?‘s

=  Call Us.

Metallics East                               Metallics West   
229 Cross St, Bristol, CT.         651 North Main St, Mancos, CO.
1-800-243-8272                           1-800-269-5183 

        3.38/c
        3.38/c
        4.99/c
        5.45/c
        7.66/c
        9.05/c
      10.57/c

     31.28/m
     31.28/m
     46.30/m
     50.90/m
     71.42/m
     84.01/m
     98.40/m
               
  

269.78/ea pkg
215.84/ea pkg
199.28/ea pkg
152.35/ea pkg
183.94/ea pkg
180.89/ea pkg
169.22/ea pkg

37
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STOCK JAR DIAMETER  WT. STD. SUGGESTED  
  NO. UPC NO. THREAD LENGTH PER PKG. PKG. TRADE LIST PRICE PER 

100 PACK    
 JRDS1 81727 7 11/4   .38 100 
 JRDS2 81728 8 15/8   .48 100 
 JRDS3 81729 9 2   .63 100 
 JRDS4 81737 9 21/2 1.04 100 
 JRDS5 81738 9 3 1.20 100 
 JRDS6 81739 10 4 2.50 100 

500 PACK
 JRDS1V 81740 7 11/4 1.87 500 
 JRDS2V 81741 8 15/8 2.40 500 
 JRDS3V 81742 9 2 3.14 500 
 JRDS4V 81743 9 21/2 5.21 500 
 JRDS5V 81744 9 3 6.02 500 
 JRDS6V 81745 10 4 9.09 500 
                  

1000 PACKS                    
 RDS1M 81750 7 11/4 3.74 1000 
 RDS2M 81751 8 15/8 4.81 1000 
 RDS3M 81752 9 2 6.29 1000 
 RDS4M 81753 9 21/2 10.42 1000 
 RDS5M 81754 9 3 12.05 1000 
 RDS6M 81755 10 4 18.18 1000 

WOODEX™ FLAT HEAD SQUARE DRIVE
DECK SCREWS COARSE THEAD

HARDENED STEEL ZINC/ALL-WEATHER COATING

Now available in 100, 500 and 1000
MOST POSITIVE ENGAGEMENT OF ALL DECK SCREWS

TYPE 17 POINT/DRILLS ITS OWN HOLE

1 Power Bit included free in 500 pack 

1 Power Bit included free in 1000 pack 

Bit NOT included

50 PCS Silver Claw Zinc Plated Type 17 Point
20 PCS 1/4” Flat Washers Zinc Plated

1 #2 x 2” Sq/Dr Pwr Bit
1 1/8x2-3/4” Hs Drill Bit

MSCJ4
Silver Claw

Woodex™ is a registered trademark of IFI, Inc.

     6.92/c
     9.27/c
   12.56/c
   20.33/c
   18.83/c
   29.13/c

  32.18/ea pkg
  42.92/ea pkg
  58.40/ea pkg
  75.56/ea pkg
  87.53/ea pkg
135.35/ea pkg

  61.01/m
  81.56/m
110.66/m
143.04/m
165.54/m
256.29/m

Metallics/Avanti Screw 
is manufacturing

the

Kit Includes

Screw & Anchor
in One

SECURITY SCREWS AND TOOLS

A

see pages 67-70

38
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BECAUSE OF THE SPECIAL NATURE OF THESE PRODUCTS WE DO NOT PROVIDE A RECOMMENDED TRADE LIST PRICE

SECURITY SCREWS AND TOOLS

A
TAMPER-RESIST STAINLESS STEEL

HEX PIN & STAR PIN MACHINE SCREWS

 HEX PIN    STAR PIN

SEE PAGE 152 FOR DRIVER STOCK NUMBERS.

         
  FLAT HEX PIN BUTTON HEX PIN FLAT STAR PIN BUTTON STAR PIN  
 SIZE STOCK NO. STOCK NO. STOCK NO. STOCK NO.   
 6-32              DRIVER SIZE 1/8                                      DRIVER SIZE T10   
 1/2”  TP100SFC TP100SBC  TP200SFC TP200SBC   
 3/4”  TP101SFC TP101SBC  TP201SFC TP201SBC   
 1”  TP102SFC TP102SBC  TP202SFC TP202SBC   
 11/4”  TP103SFC TP103SBC -  -   
 11/2”  TP104SFC  TP104SBC TP204SFC TP204SBC  
 8-32                 DRIVER SIZE 5/32                                              DRIVER SIZE T25
 1/2”  TP105SFC TP105SBC  TP205SFC TP205SBC   
 3/4”  TP106SFC  TP106SBC TP206SFC TP206SBC   
 1”  TP107SFC  TP107SBC TP207SFC TP207SBC   
 11/4”  TP108SFC TP108SBC  TP208SFC TP208SBC   
 11/2”  TP109SFC  TP109SBC TP209SFC TP209SBC  
 2”  TP110SFC TP110SBC - -   
 10-24                DRIVER SIZE 5/32                                             DRIVER SIZE T25 
 1/2”  TP111SFC TP111SBC  TP211SFC TP211SBC   
 3/4”  TP112SFC  TP112SBC TP212SFC TP212SBC   
 1”  TP113SFC TP113SBC  TP213SFC TP213SBC   
 11/4”  TP114SFC TP114SBC TP214SFC TP214SBC   
 11/2”  TP115SFC  TP115SBC TP215SFC TP215SBC   
 1/4-20               DRIVER SIZE 5/32                                    DRIVER SIZE T30
 1/2”  TP116SFC  TP116SBC TP216SFC TP216SBC   
 3/4”  TP117SFC  TP117SBC TP217SFC TP217SBC   
 1”  TP118SFC  TP118SBC TP218SFC TP218SBC   
 11/4”  TP119SFC  TP119SBC TP219SFC TP219SBC   
 11/2”  TP120SFC TP120SBC  TP220SFC TP220SBC   
 2”  TP121SFC TP121SBC  - -   

ALL ITEMS LISTED ARE

SPECIAL ORDER ITEMS

PLEASE ALLOW

1-2 WEEKS FOR DELIVERY

  SPECIAL 

ORDER

OTHER SIZES AVAILABLE BY REQUEST

Metallics East   Bristol, CT                                                                     Metallics West   Mancos, CO
229 Cross St.                                                                                                         651 North Main St.
1-800-243-8272                                                                                                         1-800-269-5183 
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BECAUSE OF THE SPECIAL NATURE OF THESE PRODUCTS WE DO NOT PROVIDE A RECOMMENDED TRADE LIST PRICE

TAMPER-RESIST STAINLESS STEEL
SPANNER & ONE-WAY MACHINE SCREWS

                 SPANNER         ONE-WAY

    ONE WAY     
  FLAT SPANNER PAN SPANNER ROUND HEAD   
 SIZE STOCK NO. STOCK NO. STOCK NO.   
 6-32 DRIVER SIZE #6  DRIVER SIZE #6 
 1/2”  TP300SFC  TP300SPC  TP400SRC  
 3/4”  TP301SFC   TP301SPC TP401SRC  
 1”  TP302SFC   TP302SPC TP402SRC  
 11/4”  TP303SFC   TP303SPC TP403SRC  
 11/2”  TP304SFC   TP304SPC TP404SRC  
 2”  TP305SFC  TP305SPC -  
 8-32 DRIVER SIZE #8   DRIVER SIXE #8 
 1/2”  TP306SFC  TP306SP C TP406SRC  
 3/4”  TP307SFC   TP307SPC TP407SRC  
 1”  TP308SFC  TP308SPC TP408SRC  
 11/4”  TP309SFC   TP309SPC TP409SRC  
 11/2”  TP310SFC  TP310SPC TP410SRC  
 2”  TP311SFC   TP311SPC -  
 10-24 DRIVER SIZE #10   DRIVER SIZE #10
 1/2”  TP312SFC  TP312SPC  TP412SRC  
 3/4”  TP313SFC   TP313SPC TP413SRC  
 1”  TP314SFC   TP314SPC TP414SRC  
 11/4”  TP315SFC   TP315SPC TP415SRC  
 11/2”  TP316SFC   TP316SPC TP416SRC  
 2”  TP317SFC   TP317SPC -  
 1/4-20 DRIVER SIZE #14   DRIVER SIZE #14
 1/2”   TP318SFC  TP318SPC  TP418SRC  
 3/4”  TP319SFC   TP319SPC TP419SRC  
 1”  TP320SFC   TP320SPC TP420SRC  
 11/4”  TP321SFC   TP321SPC TP421SRC  
 11/2”  TP322SFC   TP322SPC TP422SRC  
 2”  TP323SFC   TP323SPC TP423SRC  

ALL ITEMS LISTED ARE

SPECIAL ORDER ITEMS

PLEASE ALLOW

1-2 WEEKS FOR DELIVERY

SEE PAGE 152 FOR DRIVER STOCK NUMBERS.

  SPECIAL 

ORDER

OTHER SIZES AVAILABLE BY REQUEST

A

SCREW KITS

Metallics East  Bristol, CT                                                                       Metallics West  Mancos, CO
229 Cross St.                                                                                                         651 North Main St.
1-800-243-8272                                                                                                         1-800-269-5183 
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BECAUSE OF THE SPECIAL NATURE OF THESE PRODUCTS WE DO NOT PROVIDE A RECOMMENDED TRADE LIST PRICE

A

SCREW KITS

TAMPER-RESIST STAINLESS STEEL
 HEX PIN & STAR PIN SHEET METAL SCREWS

 HEX PIN       STAR PIN

       
  HEX FLAT HEX BUTTON STAR FLAT STAR BUTTON  
 SIZE STOCK NO. STOCK NO. STOCK NO. STOCK NO.   

 6                       DRIVER SIZE 1/8   DRIVER SIZE T10     DRIVER SIZE T10  
 1/2”  TP500SFC TP500SBC TP600SFC TP600SBC  
 3/4”  TP501SFC TP501SBC  TP601SFC TP601SBC  
 1”  TP502SFC  TP502SBC TP602SFC TP602SBC  
 11/2”  TP503SFC TP503SBC TP603SFC TP603SBC  
 8                       DRIVER SIZE 5/32  DRIVER SIZE T15     DRIVER SIZE T15
 1/2”  TP504SFC  TP504SBC TP604SFC TP604SBC  
 3/4”  TP505SFC TP505SBC TP605SFC TP605SBC  
 1”  TP506SFC TP506SBC TP606SFC TP606SBC  
 11/2”  TP507SFC TP507SBC TP607SFC TP607SBC  
 10                     DRIVER SIZE 5/32  DRIVER SIZE T20     DRIVER SIZE T25  
 1/2”  TP508SFC  TP508SBC TP608SFC TP608SBC  
 3/4”  TP509SFC TP509SBC TP609SFC TP609SBC  
 1”  TP510SFC TP510SBC  TP610SFC TP610SBC  
 11/4”  TP511SFC TP511SBC  TP611SFC TP611SBC  
 11/2”  TP512SFC TP512SBC TP612SFC TP612SBC  
 2”  TP513SFC TP513SBC  - -   
 14                      DRIVER SIZE 5/32  DRIVER SIZE T30     DRIVER SIZE T27
 1/2”  TP514SFC TP514SBC TP614SFC TP614SBC  
 3/4”  TP515SFC TP515SBC  TP615SFC TP615SBC  
 1”  TP516SFC TP516SBC  TP616SFC TP616SBC  
 11/4”  TP517SFC TP517SBC  TP617SFC TP617SBC  
 11/2”  TP518SFC TP518SBC TP618SFC TP618SBC  
 2”  TP519SFC TP519SBC  - -   

ALL ITEMS LISTED ARE

SPECIAL ORDER ITEMS

PLEASE ALLOW

1-2 WEEKS FOR DELIVERY

SEE PAGE 152 FOR DRIVER STOCK NUMBERS.

  SPECIAL 

ORDER

OTHER SIZES AVAILABLE BY REQUEST

Metallics East   Bristol, CT                                                                    Metallics West   Mancos,  CO
229 Cross St.                                                                                                         651 North Main St.
1-800-243-8272                                                                                                         1-800-269-5183 
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 STOCK UPC SIZE/                        SUGGESTED  
 NO. NO. DESCRIPTION       TRADE LIST PRICE PER EA.

  00SP6B 25027 #6 Spanner
  00SP8B 10195 #8 Spanner
  00SP10B 10196 #10 Spanner
  00SP12B 10194 #12 Spanner
  00SP14B 10197 #14 Spanner

  00TP10 41200 T10
  00TP15 41210 T15
  00TP20 41215 T20
  00TP25 41220 T25
  00TP27 41222 T27
  00TP30 41230 T30

  00HP18B 41255 1/8

  00HP32B 41260 5/32

ONE-WAY REMOVAL TOOL

MAGNETIC HAND DRIVER
BIT STORAGE IN HANDLE

(ORDER BITS SEPARATELY)

STOCK  UPC  WT. STD. SUGGESTED  
  NO. NO. DESCRIPTION EACH PKG. TRADE LIST PRICE PER EA.

   HDT14 41265 Magnetic Hand Driver 1/4” Hex .25 1 

POWER INSERT BITS

SPANNER BIT

TAMPER-RESIST BITS, TOOLS AND KITS

STOCK UPC   WT.  STD.  SUGGESTED  
  NO. NO. DESCRIPTION SIZE EACH PKG.  TRADE LIST PRICE PER EA.

  RT1W 41270 1-Way Removal Tool 6-8 .25 1 
 RT2W 41271 1-Way Removal Tool 10-12 .25 1 
 RT3W 41272 1-Way Removal Tool 1/4 .25 1 

ONE-WAY MACHINE SCREW INSTALLATION AND REMOVAL

• Install with a standard blade screwdriver
• Remove only with a One-Way Removal Tool

HEX PIN

STAR PIN
(TORX)

30-PIECE TAMPER-RESIST KIT
STOCK UPC  NO. OF  WT.  SUGGESTED  
  NO. NO. PIECES EACH TRADE LIST PRICE PER EA.
 TPK30 41280 30 1.0 
INCLUDES BIT/PT. SIZE
 Driver 1/4 (magnetic w/storage handle)
 TORX® Bits T8, T9, T10, T15, T20, T25, T27, T30, T40
 Hex Pin Bits 3/32; 1/8; 9/64; 5/32; 3/16; 7/32; 1/4; 5/16

 Spanner Bits 6; 8; 10
 TRI-WING® Bits 1; 2; 3
 POZIDRIV® Bit 1; 2; 3
 Socket Adapter 1"
 Bit Holder 3"

USE WITH TP400 SERIES SCREWS

4.61/ea
4.61/ea
4.61/ea
4.61/ea
4.61/ea

4.61/ea
4.61/ea
4.61/ea
4.61/ea
4.61/ea
4.61/ea

1.69/ea
1.69/ea

11.60/ea

34.34/ea
34.34/ea
34.34/ea

76.19/ea kit

A

SCREW KITS
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A

SCREW KITS

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Tamper Resistant Screw Kit

Stainless Steel Machine Screws #TPKRM1

Size Stock
Number
Stock

Number
UPC# Description

Qty

EA

Qty

EA
Weight
per Kit
Weight
per Kit

Suggested
Trade List Ea

Suggested
Trade List Ea

#6-32 x 1”

#6-32 x 1”

#6-32 x 1”

#8-32 x 1”

#8-32 x 1”

#8-32 x 1”

#10-24 x 1”

#10-24 x 1”

#10-24 x 1”

1/4-20 x 1”

1/4-20 x 1”

1/4-20 x 1”

Hex-Pin Button Head

Star-Pin Button Head

Spanner Button Head

# TPKRM1 Contains# TPKRM1 Contains

41322 25 2.80lbs $313.13/ea kitTPKRM1

Metallics Inc.

MANCOS COMANCOS COBRISTOL CTBRISTOL CT

Distributor Markup 150%Distributor Markup 150%

Metallics Inc.

FOR INFORMATION CALL
METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

                   229 CROSS ST, BRISTOL, CT                    651 NORTH MAIN ST, MANCOS, CO

Keep It Safe.
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FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Tamper Resistant Screw Kit

Stainless Steel Sheet Metal Screws #TPKSM1

Size Stock
Number
Stock

Number
UPC# Description

Qty

EA

Qty

EA
Weight
per Kit
Weight
per Kit

Suggested
Trade List Ea

Suggested
Trade List Ea

#6 x 1”

#6 x 1”

#8 x 1”

#8 x 1”

#10 x 1”

#10 x 1”

Hex-Pin Button Head

Star-Pin Button Head

# TPKSM1 Contains# TPKSM1 Contains

41320 25 1.0lbs $142.19/ea kitTPKSM1

Distributor Markup 150%Distributor Markup 150%

Metallics Inc.

MANCOS COMANCOS COBRISTOL CTBRISTOL CT

Metallics Inc.

FOR INFORMATION CALL
METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

                   229 CROSS ST, BRISTOL, CT                    651 NORTH MAIN ST, MANCOS, CO

Keep It Safe.
A

SCREW KITS
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A

SCREW KITS

STOCK UPC   STD. PKG./ WT.                SUGGESTED  
  NO. NO.             DESCRIPTION OF CONTENTS MSTR. CARTON EACH       TRADE LIST PRICE EA

 TSK8 10494 300 - #8 Pan Head Combo (Phillips/slotted) 1/25 1.50 
  100 - 1/2", 75 - 3/4", 50 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - #2 2" Phillips Power Bit
 TSK10 10495 245 - #10 Pan Head  Combo (Phillips/slotted) 1/25 1.75 
  75 - 1/2", 50 - 3/4", 45 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - #2 2" Phillips Power Bit
 DSK8 10496 300 - #8 Hex Slotted Washer Head 1/25 1.50 
  100 - 1/2", 75 - 3/4", 50 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - 

1/4" x 1
5/8" Hex Nut Driver

 DSK10 10497 245 - #10 Hex Slotted Washer Head 1/25 1.75 
  75 - 1/2", 50 - 3/4", 45 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - 1/4" X 15/8" Hex Nut Driver
 TSSK8 10498 300 - #8 Pan Head Square Drive Recess 1/25 1.50 
  100 - 1/2", 75 - 3/4", 50 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - #2 2" Square Drive Power Bit
 TTSK10 10499 245 - #10 Pan Head Tri-Drive (square/phillips/slotted) 1/25 1.75 
  75 - 1/2", 50 - 3/4", 45 - 1", 30 - 11/4",
  25 - 11/2", 20 - 2"
  1 - #2 2" Square Drive Power Bit

SHEET METAL
SCREW KITS

SEVERAL POPULAR DRIVE STYLES IN ASSORTED SIZES

PACKED IN A RIGID PLASTIC BOX WITH DIVIDERS

POWER BITS AND DRIVERS INCLUDED

THE GOLD DECK SCREW KIT
ASSORTED FLAT HEAD PHILLIPS DECK SCREWS

ALL WEATHER WOOD APPLICATIONS

YELLOW ZINC DICHROMATE

COARSE THREAD

STOCK UPC WT. PER STD. SUGGESTED   
  NO. NO. PKG. PKG. TRADE LIST PRICE EA

GDSK1 12704 1.70 1 Kit 

KIT INCLUDES: 300 screws
• 80 - 6 x 1
• 70 - 6 x 1-1/4
• 60 - 6 x 1-5/8
• 40 - 6 x 2
• 30 - 8 x 2-1/2

• 20 - 8 x 3
• 1 - 6 COMPARTMENT BOX

          ONLY  
METALLICS

16.10/ea kit

17.17/ea kit

18.56/ea kit

22.07/ea kit

19.92/ea kit

22.07/ea kit

18.37/ea kit
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STOCK UPC   STD. PKG./ WT.                SUGGESTED 
  NO. NO.           DESCRIPTION OF CONTENTS MSTR. CARTON EACH   TRADE LIST PRICE PER EA

 TEKDK1 10503 305 - #8 & #10 Hex Washer Head Screws 1/25 1.75 
  #8 WITH 1/4 " HEX HEAD
  100 - 1/2", 50 - 3/4"-, 40 - 1", 
  #10 WITH 5/16 " HEX HEAD
  50 - 1/2", 35 - 3/4", 30 - 1"
  1 - 1/4" Nut Setter
  1 - 5/16" Nut Setter
 TEKSK1 10504 380 - #8 & #10 Square Drive Pan Head Screws 1/25 1.75 
  100 - #8 1/2", 60 - #8 3/4", 50 - #8 1",
  80 - #10 1/2", 50 - #10 3/4", 40 - #10 1"
  1 - #2 2" Square Drive Power Bit
 TEKPK1 10505 380 - #8 & #10 Pan Head Phillips Screws 1/25 1.75 
  100 - #8 1/2", 60 - #8 3/4", 50 - #8 1",
  80 - #10 1/2", 50 - #10 3/4", 40 - #10 1"
  1 - #2 2" Phillips Power Bit

STOCK UPC   STD. PKG./ WT.               SUGGESTED   
  NO. NO.            DESCRIPTION OF CONTENTS MSTR. CARTON EACH   TRADE LIST PRICE PER EA

 FMK632 10263 370 - 6-32  Flat Head Slotted 1/25 1.75 
  100 -  3/4", 75 - 1", 75 - 11/4", 50 - 11/2",
  40 - 2", 30 - 3"
 RMK832 10264 370 - 8-32 Round Head Combo (Phillips/slotted) 1/25 2.25 
  100 - 1/2", 75 - 3/4", 75 - 1", 50 - 11/4",
  40 - 11/2", 30 - 2"
 RMK1032 10501 245 - 10-32 Round Head Combo (Phillips/slotted) 1/25 2.0 
  75 - 1/2", 50 - 3/4", 40 - 1", 30 - 11/4",
  25 - 11/2", 25 - 2"
 RMK1420 10502 124 - 1/4-20 Round Head Combo (Phillips/slotted) 1/25 2.0    
  35 - 1/2", 30 - 3/4", 20 - 1", 15 - 11/4",
  12 - 11/2", 12 - 2"

MACHINE SCREW KITS
Several popular drive styles in assorted sizes
Packed in a rigid plastic box with dividers

ZINC PLATED

TEK SCREW KITS
Several popular drive styles in assorted sizes

ECONOMICAL SWAGED POINT TEK SCREWS

PACKED IN A RIGID PLASTIC BOX WITH DIVIDERS

ZINC PLATED

POWER BITS AND SETTERS INCLUDED

29.89/ea kit

23.00/ea kit

23.00/ea kit

16.57/ea kit

16.70/ea kit

16.10/ea kit

15.34/ea kit

A

SCREW KITS
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A

SCREW KITS

STOCK UPC   STD. PKG./ WT.                SUGGESTED  
  NO. NO.           DESCRIPTION OF CONTENTS MSTR. CARTON EACH    TRADE LIST PRICE PER KIT

 RSBK1 10365 - 6-32 Round Head Combo
  (Phillips and Slotted) MS 1/25 1.25 
  50 -  1/2", 30 - 3/4", 20 - 1", 20- 11/4",
  15 - 11/2", 15 - 2"
  150 - 6-32 Hex Steel Nuts TOTAL PIECES IN KIT 500
  100 #6 SAE Washers
  100 #6 Lock Washers
 RSBK2 10366                         - 8-32 Round Head Combo
  (Phillips and Slotted) MS 1/25 1.65 
  50 -  1/2", 30 - 3/4", 20 - 1", 20- 11/4",
  15 - 11/2", 15 - 2"
  150 - 8-32 Hex Steel Nuts TOTAL PIECES IN KIT 500
  100 #8 SAE Washers
  100 #8 Lock Washers
 RSBK3 10367 - 10-32 Round Head Combo
  (Phillips and Slotted) MS 1/25 2.20 
  50 -  1/2", 30 - 3/4", 20 - 1", 20- 11/4",
  15 - 11/2", 15 - 2"
  150 - 10-32 Hex Steel Nuts TOTAL PIECES IN KIT 500
  100 #10 SAE Washers
  100 #10 Lock Washers
 RSBK4 10368                         - 1/4-20 Round Head Combo
  (Phillips and Slotted) MS 1/25 3.16 
  35 -  1/2", 30 - 3/4", 20 - 1", 15- 11/4",
  12 - 11/2", 12 - 2"
  100 - 1/4-20 Hex Nuts TOTAL PIECES IN KIT 324
  50 1/4 SAE Washers
  50 1/4 Lock Washers

STOVE BOLT KITS
Packed in a rigid plastic box with dividers

ZINC PLATED

MSCJ5
Silver Claw

30.25/ea kit

33.84/ea kit

35.62/ea kit

29.48/ea kit

Kit Includes

Metallics/Avanti Screw
 is manufacturing

the

Screw & Anchor
in One

100 PCS Silver Claw Zinc Plated Type 17 Point
40 PCS 1/4” Flat Washers Zinc Plated

1 #2 x 2” Sq/Dr Pwr Bit
1 1/8x2-3/4” Hs Drill Bit

see pages 67-70
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