Male Disconnects — 25 Pack (100 Packlocated on Page H17) c@us
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i w— » Vinyl Insulated
- : W » Electro Tin Plated Brass
. » Expanded Insulation

L oy » Serrated Barrel

» 167°F(75°C) 300 Volts Max

Dimensions = Inches

if(‘)t_' Color W",:Sv‘:’,lze ;‘Z% W F L B c D T g‘zg BN;ZSE;;
01212 = Red | 22-16 | .020X.187 189  .256 | .748 394 067 157 _ 020 | 25 100
01214  Red = 22-16 .032X.250 .250  .303 = .827 = 394 067 = 157 = 016 25 100
01222 = Blue @ 16-14 | .020X.187 .189 256 | .748 = 394 091 = 177 = 020 25 100
01224  Blue 1614 032X .250 250 = 303 = .827 = 394 091 = 177 = 016 25 100
01232 | Yellow = 12-10 | .032X.250 250  .303 = .945 512 134 217 = 016 @ 25 100

Female Disconnects — 25 Pack (100 Packlocated on Page H17)
S :_.1_ » Vinyl Insulated
' pet=t » Electro Tin Plated Brass
7 » Expanded Insulation
» Serrated Barrel
» 167°F(75°C) 300 Volts Max
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LISTED

Dimensions = Inches

Cat. Wire Size Tab Ba Master

No. Color  Awa Size L . S e © 2 U Qts Bag Qty
01312 Red 2216 020X 187 197 | 252 748 394 067 157 014 25 100
01314 Red 2216 032X .250 260 295 807 = 394 = 067 157  .014 25 100
01322 Blue = 16-14 .020X.187 197 = 252  .748 394 091 = 177 014 25 100
01324 Blue = 16-14 .032X.250 260 = .295 = .807  .394 091 = 177 016 25 100
01332 Yellow = 12-10 032X .250 .260  .295 = 925 = 512 | 134 217 016 25 100

Nylon Fully Insulated Disconnects — 25 Pack (100 Packlocated on Page H19>c@us

LISTED
D » Nylon Insulated
=W W

» Electro Tin Plated Brass

» Expanded Insulation

» Serrated Barrel

» 221°F (105°C) 300 Volts Max
» Rectangular Housing Shape
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FiG-1 Flis-2 Dimensions = Inches
Cat. Wire Size Tab Bag @ Master
No. Type Color AWG Size w F L B C D T Qty | Bag Qty

01411 | Female Red 22-16 | .032X.250 .260 .295 .866 433 .067 .157 .016 25 100
01412 | Female Blue 16-14 .032 X.250| .260 .295 .866 433 ..091 177 .016 25 100
01414 | Female | Yellow 12-10 .032X.250 .260 .295 .945 512 134 .248 .016 25 100
01415 Male Red 22-16 .032X.250 .250 .303 .906 433 .067 157 .016 25 100
01416 Male Blue 16-14 .032X.250 .250 .303 .945 433 .091 177 .016 25 100
01418 Male Yellow 12-10 .032X.250 .250 .303 .984 512 134 .248 .016 25 100




