
Volume 4—Circuit Protection CA08100005E—November 2018 www.eaton.com V4-T1-17

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1

1.1Miniature Circuit Breakers and Supplementary Protectors

Industrial Circuit Breakers

Product Selection

Ground Fault Circuit Breakers—5 mA Sensitivity QUICKLAG Type: 
QBGFT 10,000A Interrupting Capacity Thermal-Magnetic Breakers 

Ground Fault Circuit Breakers—5 mA Sensitivity QUICKLAG Type: 
QBHGFT 22,000A Interrupting Capacity Thermal-Magnetic Breakers

Ground Fault Equipment Breakers—30 mA Sensitivity QUICKLAG Type: 
QBGFEP 10,000A Interrupting Capacity Thermal-Magnetic Breakers

Ground Fault Equipment Breakers—30 mA Sensitivity QUICKLAG Type: 
QBHGFEP 22,000A Interrupting Capacity Thermal-Magnetic Breakers

Continuous
Ampere Rating 
at 40°C

Single-Pole Two-Pole
120 Vac 120/240 Vac
Catalog Number Catalog Number

15 QB1015GF QBGFT2015

20 QB1020GF QBGFT2020

25 QB1025GF QBGFT2025

30 QB1030GF QBGFT2030

40 QB1040GF QBGFT2040

50 — QBGFT2050

Continuous
Ampere Rating 
at 40°C

Single-Pole Two-Pole
120 Vac 120/240 Vac
Catalog Number Catalog Number

15 QBH1015GF QBHGF2015

20 QBH1020GF QBHGF2020

25 QBH1025GF QBHGF2025

30 QBH1030GF QBHGF2030

Continuous
Ampere Rating 
at 40°C

Single-Pole Two-Pole
120 Vac 120/240 Vac
Catalog Number Catalog Number

15 QB1015EP QBGFEP2015

20 QB1020EP QBGFEP2020

25 QB1025EP QBGFEP2025

30 QB1030EP QBGFEP2030

40 QB1040EP QBGFEP2040

50 — QBGFEP2050

Continuous
Ampere Rating 
at 40°C

Single-Pole Two-Pole
120 Vac 120/240 Vac
Catalog Number Catalog Number

15 QBH1015EP QBHGFEP2015

20 QBH1020EP QBHGFEP2020

25 QBH1025EP QBHGFEP2025

30 QBH1030EP QBHGFEP2030

QUICKLAG Type QBGFT 
Single-Pole


