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GRADE 2 HEXAGON CAP SCREWS
STEEL ZINC CHROMATE

STOCK                  JAR   WT. PER     STD. PKG./  
  NO.        UPC NO. SIZE LENGTH PKG.     MSTR. SLEEVE  
 JBHC11 80610 1/4-20 1/2 1.34                 100/500 
 JBHC48 80611 1/4-20 5/8 1.28                 100/500 
 JBHC1 80612 1/4-20 3/4 1.52                 100/500 
 JBHC2 80613 1/4-20 1 1.81                 100/500 
 JBHC49 80614 1/4-20 11/4 2.05                 100/500 
 JBHC3 80615 1/4-20 11/2 2.34                 100/500 
 JBHC50 80616 1/4-20 13/4 2.72                 100/500 
 JBHC4 80617 1/4-20 2 3.07                 100 
 JBHC5 80618 1/4-20 21/2 3.75                 100 
 JBHC6 80619 1/4-20 3 4.43                 100 
 JBHC7 80620 1/4-20 31/2 5.12                 100 
 JBHC8 80621 1/4-20 4 5.79                 100 
 JBHC9 80622 1/4-20 41/2 6.47                 100 
 JBHC42 80623 5/16-18 3/4 2.34                 100/500 
 JBHC43 80624 5/16-18 1 2.77                 100/500 
 JBHC54 80625 5/16-18 11/4 3.28                 100/500 
 JBHC13 80626 5/16-18 11/2 5.50                 100 
 JBHC14 80627 5/16-18 2 4.89                 100 
 JBHC15 80628 5/16-18 21/2 5.95                 100 
 JBHC16 80629 5/16-18 3 7.02                 100 
 JBHC88 80630 3/8-16 1/2 2.13                 100/500 
 JBHC44 80631 3/8-16 3/4 3.64                 100/500 
 JBHC45 80632 3/8-16 1 4.24                 100 
 JBHC59 80633 3/8-16 11/4 4.76                 100 
 JBHC23 80634 3/8-16 11/2 2.71                 100 
 JBHC60 80635 3/8-16 13/4 4.35                 100 
 JBHC24 80636 3/8-16 2 7.04                 100 
 JBHC61 80637 3/8-16 21/4 3.90                  50 
 JBHC25 80638 3/8-16 21/2 4.29                  50 
 JBHC26 80639 3/8-16 3 5.50                  50 
 JBHC27 80640 3/8-16 31/2 5.84                  50 
 JBHC28 82157 3/8-16 4 6.60                  50 
 JBHC29 82158 3/8-16 41/2 7.38                  50 
 JBHC46 80641 1/2-13 1 4.15                  50 
 JBHC64 80642 1/2-13 11/4 4.70                  50 
 JBHC47 80643 1/2-13 11/2 5.42                  50 
 JBHC65 80644 1/2-13 13/4 6.00                  50 
 JBHC33 80645 1/2-13 2 6.68                  50 
 JBHC66 80646 1/2-13 21/4 7.37                  50 
 JBHC34 80647 1/2-13 21/2 8.06                  50 
 JBHC67 80648 1/2-13 23/4 8.75                  50 
 JBHC35 80649 1/2-13 3 9.43                  50 
 JBHC36 82175 1/2-13 31/2 5.40                  25 
 JBHC37 82176 1/2-13 4 6.10                  25 
 JBHC21 80650 5/8-11 1 4.50                  50 
 JBHC31 80651 5/8-11 11/2 4.65                  50 
 JBHC69 82186 5/8-11 2 5.10                  50 
 JBHC71 80653 5/8-11 21/2 7.25                  50 
 JBHC73 80654 5/8-11 3 9.64                  50 
 JBHC75 80655 5/8-11 31/2 5.10                  25 
 JBHC76 82193 5/8-11 4 6.40                  25 
 JBHC7612 82202 3/4-10 11/2 5.20                  50 
 JBHC77 82194 3/4-10 2 6.47                  50 
 JBHC79 82196 3/4-10 21/2 7.88                  50 
 JBHC81 82181 3/4-10 3 10.41                  50 
 JBHC83 82203 3/4-10 31/2 6.06                   25 
 JBHC85 82204 3/4-10 4 7.50                   25 

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

SUGGESTED 
TRADE LIST PRICE PER 100

BOLTS

C

    5.59/c
    6.59/c
    6.76/c
    7.52/c
    8.67/c
    9.81/c
  11.34/c
  11.50/c
  14.88/c
  17.17/c
  21.77/c
  24.77/c
  30.06/c
    9.81/c
  11.74/c
  13.19/c
  14.06/c
  18.15/c
  20.85/c
  24.69/c
  11.36/c
  13.54/c
  17.47/c
  17.71/c
  21.36/c
  25.23/c
  26.38/c
  28.56/c
  30.96/c
  36.90/c
  
40.16/c  47.26/c

  
48.02/c  
31.56/c  
35.86/c  
38.04/c  
43.06/c  
48.72/c  
53.30/c  
57.94/c  
65.30/c  
65.90/c  
74.32/c  
79.80/c  
54.60/c  
56.58/c  
65.62/c  
75.70/c  
87.70/c

118.28/c
121.64/c
123.56/c
145.96/c
155.76/c

221.72/c
243.96/c

184.43/c
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GRADE 5 HEXAGON CAP SCREWS
HARDENED STEEL ZINC CHROMATE

A hardened steel bolt for lower grade structural use
To be used with Grade 5 nuts and washers

STOCK   JAR     WT. PER      STD. PKG./  
  NO.  UPC NO. SIZE BOLT SIZE    PKG.      MSTR. SLEEVE  
 JG5HC11 80656 1/4-20 1/2 1.15              100/500 
 JG5HC1 80657 1/4-20 3/4 1.41              100/500 
 JG5HC2 80658 1/4-20 1 1.71              100/500 
 JG5HC49 80659 1/4-20 11/4 2.05              100/500 
 JG5HC3 80660 1/4-20 11/2 2.39              100/500 
 JG5HC4 80661 1/4-20 2 3.07              100 
 JG5HC5 80662 1/4-20 21/2 3.75              100 
 JG5HC6 80663 1/4-20 3 4.43              100 
 JG5HC7 80664 1/4-20 31/2 5.12              100 
 JG5HC8 80665 1/4-20 4 5.79              100 
 JG5HC42 80666 5/16-18 3/4 2.34              100/500 
 JG5HC43 80667 5/16-18 1 2.77              100/500 
 JG5HC13 80668 5/16-18 11/2 5.50              100 
 JG5HC14 80669 5/16-18 2 4.89              100 
 JG5HC15 80670 5/16-18 21/2 5.95              100  
 JG5HC16 80671 5/16-18 3 7.02              100 
  JG5HC18 80672 5/16-18 31/2 8.15               50 
 JG5HC20 80673 5/16-18 4 9.50               50 
 JG5HC88 80674 3/8-16 1/2 3.43              100 
 JG5HC44 80675 3/8-16  3/4 3.43              100/500 
 JG5HC45 80676 3/8-16 1 4.05              100 
 JG5HC59 80677 3/8-16 11/4 4.72              100 
 JG5HC23 80678 3/8-16 11/2 5.50              100 
 JG5HC24 80679 3/8-16 2 7.04              100 
 JG5HC25 80680 3/8-16 21/2 4.29               50 
 JG5HC26 80681 3/8-16 3 5.50               50 
 JG5HC27 82825 3/8-16 31/2 5.84               50 
 JG5HC28 82826 3/8-16 4 6.60               50 
 JG5HC46 80682 1/2-13 1 4.15               50 
 JG5HC64 80683 1/2-13 11/4 4.70               50 
 JG5HC47 80684 1/2-13 11/2 5.26               50 
 JG5HC33 80685 1/2-13 2 6.68               50 
 JG5HC34 80686 1/2-13 21/2 8.06               50 
 JGSHC67 80687 1/2-13 23/4 8.75               50 
 JG5HC35 80688 1/2-13 3 9.43               50 
 JG5HC36 80689 1/2-13 31/2 5.40               25 
 JG5HC37 82837 1/2-13 4 6.10               25 
 JG5HC62 80690 5/8-11 11/2 4.65               50 
 JG5HC63 80691 5/8-11 2 6.10               50 
 JG5HC66 82859 5/8-11 21/2 7.25               50 
 JG5HC68 82862 5/8-11 3 9.64               50 
 JG5HC70 82870 5/8-11 31/2 10.80               50 
 JG5HC72 82872 5/8-11 4 12.50               50 
 JG5HC74 80694 3/4-10 11/2 5.30               50 
 JG5HC76 82874 3/4-10 2 6.47               50 
 JG5HC78 82877 3/4-10 21/2 7.88               50 
 JG5HC80 82880 3/4-10 3 10.41               50 
 JG5HC82 82883 3/4-10 31/2 12.50               50 
 JG5HC84 82886 3/4-10 4 13.10               50 

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

SUGGESTED 
TRADE LIST PRICE PER 100

    6.89/c
    9.05/c
  10.79/c
  12.64/c
  15.59/c
  18.39/c
  20.00/c
  23.38/c
  26.98/c
  31.91/c
  12.94/c
  14.72/c
  19.35/c
  25.07/c
  29.92/c
  35.81/c
  22.40/c
  25.64/c
  16.19/c
  19.87/c
  23.30/c
  27.36/c
  31.12/c
  39.73/c
  42.34/c
  54.06/c
  58.36/c
  69.92/c
  46.06/c
  53.24/c
  68.12/c
  71.15/c
  88.34/c
113.58/c
  89.92/c
105.72/c
118.92/c
  89.76/c
107.26/c
125.94/c
146.56/c
161.26/c
193.86/c
171.68/c
183.06/c  
203.56/c
231.78/c
261.22/c
290.64/c

BOLTS

C
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BOLTS

GRADE 8 HEXAGON CAP SCREWS
HARDENED STEEL ZINC CHROMATE

The highest grade hardened steel structural bolt that we carry!
To be used with Grade 8 nuts and washers

STOCK  JAR    WT. PER             STD. PKG./  
  NO.  UPC NO. SIZE BOLT SIZE  PKG.              MSTR. SLEEVE  
  JG8HC1 80698 1/4-20 3/4 1.52                   100/500 
 JG8HC2 80699 1/4-20 1 1.81                   100/500 
 JG8HC3 80700 1/4-20 11/2 2.34                   100/500  
 JG8HC4 80701 1/4-20 2 3.07                       100 
 JG8HC5 80702 1/4-20 21/2 1.88                        50 
 JG8HC6 80703 1/4-20 3 2.22                        50 
 JG8HC8 83216 1/4-20 4 2.90                        50 
 JG8HC42 80704 5/16-18 3/4 2.34                   100/500 
 JG8HC43 80705 5/16-18 1 2.77                   100/500 
 JG8HC13 80706 5/16-18 11/2 5.50                       100 
 JG8HC14 80707 5/16-18 2 5.75                       100 
 JG8HC15 80708 5/16-18 21/2 2.98                        50 
 JG8HC16 83234 5/16-18 3 3.51                        50 
 JG8HC20 83237 5/16-18 4 3.69                        50 
 JG8HC2334 80710 3/8-16 3/4 3.64                   100/500 
 JG8HC231 80711 3/8-16 1 4.24                       100 
 JG8HC23 80712 3/8-16 11/2 2.71                       100 
 JG8HC24 80713 3/8-16 2 3.52                        50 
 JG8HC25 80714 3/8-16 21/2 4.29                        50 
 JG8HC26 83255 3/8-16 3 5.50                        50 
 JG8HC28 83258 3/8-16 4 6.60                        50 
 JG8HC46 83261 1/2-13 1 4.15                        50 
 JG8HC47 81037 1/2-13 11/2 2.63                        25 
 JG8HC33 83267 1/2-13 2 3.34                        25 
 JG8HC34 83270 1/2-13 21/2 4.03                        25 
 JG8HC35 83273 1/2-13 3 4.72                        25 
 JG8HC37 83276 1/2-13 4 6.10                        25 

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

BOLTS

SUGGESTED 
TRADE LIST PRICE PER 100

Silver Claw

50 PCS Silver Claw Silver Seal Coated Type 17 Point
20 PCS 1/4” Flat Washers Silver Coated

1 #2 x 2” Sq/Dr Pwr. Bit
1 3/16” x 3-1/2” Masonry Drill Bit

MSCJ7

BOLTS

Kit Includes

Metallics/Avanti Screw 
is manufacturing

the

Screw & Anchor
in One

  12.21/c
  13.00/c
  16.92/c
  25.23/c
  27.96/c
  40.12/c
  55.48/c
  17.79/c
  19.78/c
  28.69/c
  39.73/c
  54.30/c
  56.30/c
  81.42/c
  22.81/c
  26.24/c
  36.79/c
  46.00/c
  59.62/c
  66.16/c
  88.30/c
  61.36/c
  69.00/c
  93.84/c
111.52/c
135.36/c
164.80/c

see pages 67-70
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Manufactured by 
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STOCK  JAR   WT. PER                   STD. PKG./  
  NO. UPC NO. SIZE     LENGTH PKG.                   MSTR. SLEEVE  

 JSBH11 80719 1/4-20    1/2 1.15                     100/500 
 JSBH1 80720 1/4-20    3/4 1.41                     100/500 
 JSBH2 80721 1/4-20    1 1.90                     100/500 
 JSBH49 80722 1/4-20    11/4 2.23                     100/500 
 JSBH3 80723 1/4-20    11/2 2.39                     100/500 
 JSBH86 80724 5/16-18    1/2 1.85                     100/500 
 JSBH42 80725 5/16-18    3/4 1.97                     100/500 
 JSBH43 80726 5/16-18    1 2.60                     100/500 
 JSBH54 80727 5/16-18    11/4 2.40                     100/500 
 JSBH13 80728 5/16-18    11/2 3.20                         100 
 JSBH12 80729 5/16-18    13/4 3.85                         100 
 JSBH14 80730 5/16-18    2 4.90                         100 
 JSBH15 80731 5/16-18    21/2 5.85                         100 
 JSBH16 80732 5/16-18    3 7.25                         100 
 JSBH17 80733 5/16-18    31/2 8.95                     100/500 
 JSBH88 80734 3/8-16    1/2 2.80                     100/500 
 JSBH44 80735 3/8-16    3/4 3.43                         100 
 JSBH48 80736 3/8-16    7/8 3.13                         100 
 JSBH45 80737 3/8-16    1 4.03                         100 
 JSBH59 80738 3/8-16    11/4 4.12                         100 
 JSBH23 80739 3/8-16    11/2 5.50                         100 
 JSBH24 80740 3/8-16    2 7.04                         100 
 JSBH81 80741 1/2-13    3/4 3.60                         100 
 JSBH46 80742 1/2-13    1 4.00                          50 
 JSBH64 80743 1/2-13    11/4 5.25                          50 
 JSBH47 80744 1/2-13    11/2 6.00                          50 
 JSBH65 80745 1/2-13    13/4 6.50                          50 
 JSBH33 80746 1/2-13    2 7.25                          50 
 JSBH34 80747 1/2-13    21/2 9.00                          50 
 JSBH35 80748 1/2-13    3 10.50                         50 

HEXAGON CAP SCREWS
300 SERIES STAINLESS STEEL

SPECIAL SIZES OF BOLTS, NUTS AND WASHERS

IN STAINLESS STEEL AND SILICON BRONZE

In your daily business as distributors, many requests for non-stock fastener items 
come across your purchasing and sales desks. The Metallics people are 
prepared to help. We offer the most complete line of fasteners available.

WE ARE THE GOLD STANDARD!

METALLICS EAST,  BRISTOL, CT  •  800-243-8272
METALLICS WEST,  MANCOS, CO  •  800-269-5183

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

SUGGESTED 
TRADE LIST PRICE PER 100

?‘s
=  Call Us. ?‘s

=  Call Us.

  16.08/c
  20.25/c
  22.64/c
  27.80/c
  34.34/c
  32.62/c
  36.05/c
  45.37/c
  51.07/c
  52.70/c
  70.39/c
  73.03/c
  82.54/c
  96.90/c
127.99/c
  48.94/c
  50.28/c
  54.94/c
  54.94/c
  62.73/c
  72.02/c
  96.30/c
117.42/c
131.08/c
132.44/c
133.68/c
166.94/c
214.62/c
233.48/c
318.12/c

BOLTS

C
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BOLTS

STOCK    JAR   WT.                    STD. PKG./    
  NO.   UPC NO. DIAMETER LENGTH  PER PKG.             MSTR. SLEEVE  
J HTB11 80767 1/4-20 1/2 1.15                   100/500 
 JHTB1 80768 1/4-20 3/4 1.41                    100/500 
 JHTB2 80769 1/4-20 1 1.71                    100/500 
 JHTB49 80770 1/4-20 11/4 2.05                    100/500 
 JHTB3 80771 1/4-20 11/2 2.39                    100/500 
 JHTB4 80772 1/4-20 2 3.07                       100 
 JHTB88 80773 3/8-16 1/2 2.80                    100/500 
 JHTB44 80774 3/8-16 3/4 3.43                    100/500 
 JHTB45 80775 3/8-16 1 4.05                       100 
 JHTB59 80776 3/8-16 11/4 4.72                       100 
 JHTB23 80777 3/8-16 11/2 5.50                       100 
 JHTB24 80778 3/8-16 2 7.04                       100 
 JHTB25 80779 3/8-16 21/2 4.29                        50 
 JHTB26 80780 3/8-16 3 5.50                        50 
 JHTB81 80781 1/2-13 3/4 3.60                        50 
 JHTB46 80782 1/2-13 1 4.15                        50 
 JHTB64 80783 1/2-13 11/4 4.70                        50 
 JHTB47 80784 1/2-13 11/2 5.26                        50 
 JHTB33 80785 1/2-13 2 6.68                        50 
 JHTB34 80786 1/2-13 21/2 8.06                        50 
 JHTB35 80787 1/2-13 3 9.43                        50 

STOCK JAR   WT. PER                 STD. PKG./  
  NO. UPC NO. SIZE LENGTH PKG.                 MSTR. SLEEVE  
 JBBH11 80749 1/4-20 1/2 1.3                   100/500 
 JBBH1 80750 1/4-20 3/4 1.6                   100/500 
 JBBH2 80751 1/4-20 1 1.88                   100/500 
 JBBH3 80752 1/4-20 11/2 2.65                   100/500 
 JBBH43 80753 5/16-18 1 3.07                   100/500 
 JBBH88 80754 3/8-16 1/2 3.10                   100/500 
 JBBH44 80755 3/8-16 3/4 3.70                   100/500 
 JBBH45 80756 3/8-16 1 4.30                       100 
 JBBH23 80757 3/8-16 11/2 6.10                       100 
 JBBH24 80758 3/8-16 2 7.82                       100 
 JBBH81 80759 1/2-13 3/4 3.90                       100 
 JBBH46 80760 1/2-13 1 4.80                        50 
 JBBH64 80761 1/2-13 11/4 5.22                        50 
 JBBH47 80762 1/2-13 11/2 5.83                        50 
 JBBH65 80763 1/2-13 13/4 6.66                        50 
 JBBH33 80764 1/2-13 2 7.50                        50 
 JBBH34 80765 1/2-13 21/2 8.95                        50 
 JBBH35 80766 1/2-13 3 11.00                        50 

HEX TAP BOLTS
FULL THREADED STEEL ZINC CHROMATE

For complete thread engagement applications

HEXAGON CAP SCREWS
SILICON BRONZE

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

SUGGESTED 
TRADE LIST PRICE PER 100

SUGGESTED 
TRADE LIST PRICE PER 100

  36.92/c
  43.16/c
  47.09/c
  51.50/c
  86.08/c
  94.72/c
  86.08/c  
104.18/c
121.40/c
142.87/c
196.88/c
224.26/c
245.74/c
267.44/c
343.94/c
352.24/c
360.52/c
424.78/c

    5.83/c

    6.43/c

    8.09/c

    9.13/c
    9.51/c

  11.66/c

  11.34/c

  13.43/c

  17.17/c

  19.62/c

  22.32/c

  26.62/c

  30.80/c

  36.68/c

  26.54/c

  31.88/c

  33.14/c

  37.38/c

  48.72/c

  58.16/c

  65.62/c
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STOCK JAR   WT. PER                  STD. PKG./  
  NO. UPC NO. SIZE LENGTH PKG.                  MSTR. SLEEVE  
  JCB42 83000 1/4-20 1/2 1.58               100/500 
  JCB1 83001 1/4-20 3/4 1.41               100/500 
  JCB2 83002 1/4-20 1 1.66               100/500 
  JCB3 83003 1/4-20 11/2 2.27               100/500 
  JCB4 83006 1/4-20 2 2.82               100 
  JCB6 83010 1/4-20 3 4.62               100 
  JCB55 83041 3/8-16 3/4 4.58                100/500 
  JCB56 83042 3/8-16 1 4.91               100 
 JCB23 83044 3/8-16 11/2 5.62               100 
  JCB24 83046 3/8-16 2 7.20               50 
  JCB25 83048 3/8-16 21/2 4.74               50 
  JCB26 83050 3/8-16 3 5.55               50 
  JCB28 83052 3/8-16 4 7.16               50 
  JCB33 83065 1/2 2 6.84               25 
  JCB34 83067 1/2 21/2 8.68               25 
  JCB35 83069 1/2 3 10.14               25 

HEXAGON LAG BOLTS
STEEL ZINC CHROMATE

CARRIAGE BOLTS
STEEL ZINC CHROMATE

ORDER ZINC PLATED NUTS SEPARATELY

STOCK JAR   WT. PER                 STD. PKG.  
  NO. UPC NO. SIZE LENGTH PKG.                  MSTR. SLEEVE  
 JBLS37 80788 1/4 1 1.54                       100  
 JBLS38 80789 1/4 11/4 1.82                       100  
 JBLS1 80790 1/4 11/2 2.03                       100  
 JBLS39 80791 1/4 13/4 2.38                       100  
 JBLS2 80792 1/4 2 2.44                       100  
 JBLS3 80793 1/4 21/2 3.22                       100  
 JBLS4 80794 1/4 3 3.78                       100  
 JBLS5 80795 1/4 31/2 4.34                       100  
 JBLS6 82308 1/4 4 4.90                       100  
 JBLS11 80796 5/16 11/2 3.70                       100  
 JBLS12 80797 5/16 2 4.58                       100  
 JBLS13 80798 5/16 21/2 5.46                       100  
 JBLS14 80799 5/16 3 6.35                       100  
 JBLS16 82324 5/16 4 4.60                        50 
 JBLS18 82326 5/16 5 4.94                        50 
 JBLS20 82327 5/16 6 5.80                        50 
 JBLS45 80800 3/8 1 4.21                       100  
 JBLS46 80801 3/8 11/4 4.70                       100  
 JBLS36 80802 3/8 11/2 5.30                       100  
 JBLS21 80803 3/8 2 5.59                       100  
 JBLS22 80804 3/8 21/2 3.91                        50 
 JBLS23 80805 3/8 3 4.55                        50 
 JBLS24 80806 3/8 31/2 5.20                        50 
 JBLS25 10408 3/8 4 5.80                        50 
 JBLS26 82319 3/8 5 7.05                        50 
 JBLS27 82344 3/8 6 8.30                        50 
 JBLS28 80807 1/2 2 6.65                        50 
 JBLS30 80808 1/2 3 8.90                        50 
 JBLS32 82353 1/2 4 5.58                        25 

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

LARGER DIAMETERS & LENGTHS AVAILABLE ON SPECIAL REQUEST.

SUGGESTED 
TRADE LIST PRICE PER 100

SUGGESTED 
TRADE LIST PRICE PER 100

  6.76/c
  7.98/c
12.56/c
13.46/c
16.21/c
23.54/c
24.58/c
27.20/c
33.93/c
41.74/c
56.36/c
50.58/c  
64.14/c
71.19/c
80.00/c
94.40/c

11.50/c
12.26/c
12.43/c
13.79/c
14.25/c
17.63/c
19.02/c
21.15/c
23.00/c
15.34/c
16.87/c
19.29/c
21.01/c
26.38/c
34.94/c
43.82/c
17.79/c
18.67/c
19.57/c
22.86/c
28.44/c
32.48/c
34.82/c
44.64/c
58.04/c
78.16/c
51.12/c
72.60/c
79.24/c

BOLTS

C
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BOLTS

   THREAD INSIDE INSIDE THREAD 
 STOCK UPC DIA LENGTH WIDTH LENGTH WT. STANDARD 
 NO. NO. (A) (B) (C) (D) PER PKG. PACKAGE  
ZINC PLATED U-BOLTS WITH NUTS
 UB01  25800 1/4-20 11/4 

9/16 3/4 .47 10 
 UB03  25810 1/4-20 21/4 

3/4 11/2 .67 10
 UB04  25815 1/4-20 13/4 1 1 .57 10 6
 UB05  25820 1/4-20 2 11/8 1 .63 10 
 UB06  25825 1/4-20 21/4 11/4 11/4 .70 10 
 UB07  25830 1/4-20 23/4 11/2 13/2 .81 10 
 UB08  25835 1/4-20 3 13/4 13/8 .87 10 
 UB09  25840 1/4-20 31/4 2 13/8 .97 10 84
 UB010 25845 5/16-18 23/16 1 13/8 1.17 10 
 UB011 25855 5/16-18 23/16 13/8 1 1.22 10 7
 UB012 25860 5/16-18 23/16 11/2 1 1.23 10 
 UB013 25865 5/16-18 211/16 13/4 11/8 1.40 10 
 UB014 25870 5/16-18 211/16 2 1 1.43 10 
 UB015 25875 5/16-18 33/16 21/2 1 1.65 10 
 UB016 25880 5/16-18 311/16 3 1 2.03 10 
 UB017 25885 3/8-16 21/4 1 11/4 1.77 10 
 UB018 25895 3/8-16 21/2 11/2 11/4 1.92 10 
 UB019 25900 3/8-16 23/4 13/4 11/8 2.20 10 
 UB021 25905 3/8-16 25/8 2 11/4 2.17 10 
 UB022 25910 3/8-16 31/8 21/2 11/4 2.55 10 
 UB023 25915 3/8-16 35/8 3 11/4 2.70 10 
 UB024 25920 3/8-16 41/8 31/2 11/4 3.12 10 
STAINLESS STEEL U-BOLTS WITH NUTS 300 series
 UBS01 26100 1/4-20 11/4 

9/16 3/4 .47 10 
 UBS03 26110 1/4-20 21/4 

3/4 11/2 .67 10 
 UBS04 26115 1/4-20 13/4 1 1 .57 10 
 UBS05 26120 1/4-20 2 11/8 1 .63 10 
 UBS06 26125 1/4-20 21/4 11/4 11/4 .70 10 
 UBS07 26130 1/4-20 23/4 11/2 13/8 .81 10 
 UBS08 26135 1/4-20 3 13/4 13/8 .87 10 
 UBS09 26140 1/4-20 31/4 2 13/8 .97 10 
 UBS010 26145 5/16-18 23/16 1 13/8 1.17 10 
 UBS011 26150 5/16-18 23/16 13/8 1 1.22 10 
 UBS012 26155 5/16-18 23/16 11/2 1 1.23 10 
 UBS013 26160 5/16-18 211/16 13/4 11/8 1.40 10 
 UBS014 26165 5/16-18 211/16 2 1 1.43 10 
 UBS015 26170 5/16-18 33/16 21/2 1 1.65 10 
 UBS016 26175 5/16-18 311/16 3 1 2.03 10 
 UBS017 26180 3/8-16 21/4 1 11/4 1.77 10 
 UBS018 26190 3/8-16 21/2 11/2 11/4 1.92 10 
 UBS020 26195 3/8-16 23/4 13/4 11/8 2.20 10 
 UBS021 26200 3/8-16 25/8 2 11/4 2.17 10 
 UBS022 26205 3/8-16 31/8 21/2 11/4 2.55 10 
 UBS023 26210 3/8-16 35/8 3 11/4 2.70 10 
 UBS024 26215 3/8-16 41/8 31/2 11/4 3.12 10 

ROUND BEND U-BOLTS
STEEL ZINC PLATED, 300 SERIES STAINLESS STEEL

With Hexagon Nuts

C

A

B

D

U-BOLTS ONLY AVAILABLE BY SPECIAL QUOTATION.
MINIMUMS MAY APPLY AT THE TIME OF DISTRIBUTOR INQUIRY.

Stock
Number

UPC# Description WT.
Per PKG.

Suggested
Trade List

FOR INFORMATION CALL

METALLICS EAST AT (800) 243-8272 OR METALLICS WEST AT (800) 269-5183

Gold

While
Supply
Lasts

While
Supply
Lasts

Innovative 
Fasteners:  
1st Base

Highest Fill 
Rates:

2nd Base

Same day Shipping:
3rd Base

Home run!!

“You win everytime
with

Metallics”

AMERICA’S

SOURCE FOR 

PREMIER

&

INNOVATIVE

FASTENERS

+

+
=
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