
HOLE SAWS
AND ACCESSORIES

Bi-Metal    Carbide Tipped    Carbide Grit   
Recessed Light    Arbors    Pilot Bits    Extensions

HOLE SAW ARBORS

HOLE SAW-SS  
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1 DRILL HOLE

2 TWIST TO RELEASE

3 REMOVE HOLE SAW

UNIVERSAL
		 Works with all major brands of hole saws

		 Accepts any 1/4" straight or 3-flat shank pilot bit

DURABLE
		 Made from hardened steel and alloy steel for greater durability

QUICK CHANGE ARBORS
		 Tool-free operation

		 Universal, quick change with all brands of hole saws

		 No adapter required

49-56-7210 49-56-7010 49-56-7000 49-56-6950 49-56-7055 49-56-7040 49-56-9100 49-56-7250 49-56-7240

Quick Change Quick Change Quick Change Quick Change Quick Change

Hole Saw Size Range Up to 1-3/16" 1-1/4" & Larger

Minimum Chuck Size 3/8" 3/8" 1/2" 1/4" 1/2" 3/8" 1/2" 3/8" 1/2"

Works with Pilot Bits 49-56-8000, 49-56-8010, 49-56-8005 49-56-8000, 49-56-8005 49-56-8000, 49-56-8010, 49-56-8005

PILOT BITS
DURABLE
		 Thunderbolt® tapered web resists breaking

UNIVERSAL
		 Will work with most brands of arbors

STARTS ON CONTACT
		 135° split point for precision start 

		  and no walking

		 3-flat shank won’t slip in arbor or  
		  chuck on Thunderbolt® bits

EXTENSIONS

UNIVERSAL FIT
		 All extensions work with all major brands

QUIK-LOK® EXTENSIONS
		 Fits any 7/16" hex shank product

		 Impact rated for maximum durability

	 	 Releases by hand for quick operation

 
Description

Individual 
Package

Bulk Package
For Use With

Item Qty

1/4" x 3-1/2" Thunderbolt® Bit 49-56-8010 49-56-8033 12 Metal, Wood, Drywall,  
Plaster, Plastics, Fiberglass1/4" x 4" Thunderbolt® Bit 49-56-8000 49-56-8031 12

1/4" x 4" Carbide Tipped Bit 49-56-8005 Fiberglass, Cement Board, Tile, Brick, Block

 
Minimum 

Chuck Size
Length Item Number Use With Arbors

3/8" 12" 48-28-4008
	 49-56-7010	 49-56-7210 
	 49-56-7040	 49-56-7250

1/2" 5-1/2" 48-28-4001

	 49-56-7000	 49-56-7055 
	 49-56-7240	 49-56-9100

1/2" 12" 48-28-4006

1/2" 18" 48-28-4011

1/2" 24" 48-28-4016

1/2" 5-1/2" Quik-Lok® 48-28-1030

1/2" 12" Quik-Lok® 48-28-1040

1/2" 18" Quik-Lok® 48-28-1050

1/2" 24" Quik-Lok® 48-28-1060

HOLE SAW SELECTION GUIDE

1		 Identify the material to be cut in the columns below  

2	 Choose the appropriate product  RECOMMENDED  or  ACCEPTABLE

METAL Stainless 
steel

ALUMINUM  
& OTHER 

NON-FERROUS  
METALS

WOOD  
WITH  
NAILS

Ceiling 
tile

PLASTER/
DRYWALL

PVC &  
PLASTICS

CLEAN  
WOOD FIBERGLASS CEMENT 

BOARD TILE CAST  
IRON BRICK & BLOCK
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RELEASE

™

TWIST RELEASE™ 
QUICK CHANGE ARBOR

	Tool-free operation 

	Universal, quick change with  
all brands of hole saws

	No adapter required

	For use with hole saws 
up to 1-3/16"

TWIST
RELEASE

™

FEATURING

Quick Change Arbor

TWIST
RELEASE

™

TOOL FREE 
OpERATION



ELECTRICIAN’S KITSPLUMBER’S KITS

GENERAL PURPOSE KITS

 

Size
Hanging 

Container
Shrink 
Wrap

Bulk Package Conduit  
& Pipe

Pipe 
Tap

Copper 
TubeItem Qty

5/8" 49-56-0012 49-56-9603 1/4"

11/16" 49-56-0017 49-56-9604 3/8"

3/4" 49-56-0023 49-56-9605 49-56-5090 25 3/8" 1/2" 1/2"

13/16" 49-56-0027 49-56-9606

7/8" 49-56-0032 49-56-9607 49-56-5100 25 1/2" 3/4" 5/8"

15/16" 49-56-0037 49-56-9608

1" 49-56-0043 49-56-9609 49-56-5110 25 3/4"

1-1/16" 49-56-0047 49-56-9610

1-1/8" 49-56-0052 49-56-9611 49-56-5120 25 3/4" 1"

1-3/16" 49-56-0057 49-56-9612 49-56-5125 25

1-1/4" 49-56-0062 49-56-9613 49-56-5130 25 1"

1-5/16" 49-56-0067 49-56-9614

1-3/8" 49-56-0072 49-56-9615 49-56-5140 25 1"

1-7/16" 49-56-0077 49-56-9616

1-1/2" 49-56-0082 49-56-9617 49-56-5150 25 1-1/4" 1-1/4"

1-9/16" 49-56-0087 49-56-9618

1-5/8" 49-56-0092 49-56-9619 49-56-5152 25

1-11/16" 49-56-0097 49-56-9620

1-3/4" 49-56-0102 49-56-9621 49-56-5155 25 1-1/4" 1-1/2" 1-1/2"

1-13/16" 49-56-0107 49-56-9622

1-7/8" 49-56-0112 49-56-9623

2" 49-56-0117 49-56-9624 49-56-5160 25 1-1/2"

2-1/16" 49-56-0122 49-56-9625

2-1/8" 49-56-0127 49-56-9626 49-56-5165 25

2-1/4" 49-56-0132 49-56-9628 49-56-5167 25 2" 2"

2-5/16" 49-56-0137 49-56-9629

2-3/8" 49-56-0142 49-56-9630

2-1/2" 49-56-0147 49-56-9631 49-56-5170 25 2"

2-9/16" 49-56-0153 49-56-9632

2-5/8" 49-56-0158 49-56-9633 49-56-5175 16 2-1/2"

2-3/4" 49-56-0163 49-56-9635

2-7/8" 49-56-0167 49-56-9636

3" 49-56-0173 49-56-9637 49-56-5180 16 2-1/2" 2-1/2"

3-1/8" 49-56-0177 49-56-9638

3-1/4" 49-56-0183 49-56-9639 3"

3-3/8" 49-56-0187 49-56-9640

3-1/2" 49-56-0193 49-56-9641 49-56-5190 9

3-5/8" 49-56-0197 49-56-9642 49-56-5195 9 3"

3-3/4" 49-56-0203 49-56-9643 3-1/2"

3-7/8" 49-56-0207 49-56-9644

4" 49-56-0213 49-56-9645 49-56-5200 9

4-1/8" 49-56-0217 49-56-9646 49-56-5205 9 3-1/2" 3-1/2"

4-1/4" 49-56-0223 49-56-9647 4" 4"

4-3/8" 49-56-0227 49-56-9648

4-1/2" 49-56-0233 49-56-9649 4"

4-3/4" 49-56-0237 49-56-9650

5" 49-56-0243 49-56-9652

5-1/2" 49-56-0247 49-56-9654 5" 5"

6" 49-56-0253 49-56-9656

BI-METAL HOLE SAWS

LONG LIFE
		 Ice Hardened™ cryogenically treated  

		  for up to 50% longer life 

		 Bi-metal construction with 8% cobalt  
		  for increased wear resistance

FAST CUTTING
		 Optimized tooth form for up to  

		  2x faster cutting

EASY PLUG REMOVAL
		 Wide, angled & offset slots for  

		  easy plug access

GENERAL PURPOSE CUTTING
		 Designed for cutting machinable  

		  and non-ferrous metals,  
		  wood products and plastics

Up to 50% Longer Life

BI-METAL HOLE SAW KITS

Contents
8 Piece 

49-22-4005
13 Piece 

49-22-4025
15 Piece 

49-22-4175
28 Piece 

49-22-4185

Hole Saws
	 3/4"	 7/8"	 1"

	 1-1/8"	 1-1/2"	

	 3/4"	 7/8"	 1-1/8"  

	 1-3/8"	 1-1/2"	 1-3/4"  

	 2"	 2-1/8"	 2-1/2"

	 3/4"	 7/8"	 1"

	 1-1/8"	 1-3/8"	 1-1/2"

	 1-3/4"	 2"	 2-1/8"

	 2-1/4"	 2-1/2"	

	 3/4"	 7/8"	 1"

	 1-1/8"	 1-1/4"	 1-3/8"

	 1-1/2"	 1-3/4"	 2"

	 2-1/8"	 2-1/4"	 2-1/2"

	 2-5/8"	 3"	 3-1/4"

	 3-3/8"	 3-5/8"	 3-3/4"

	 4-1/8"	 4-1/4"	 4-1/2"

	 4-3/4"	

Arbors
49-56-7210

TWIST
RELEASE

™
49-56-7010
49-56-7250

49-56-7010
49-56-9100

49-56-7000
49-56-7010
49-56-9100

Pilot Bits Additional 49-56-8010 (2) 49-56-8010 (2) Additional 49-56-8010 (3) Additional 49-56-8010

Other
49-56-6560 Adapter
49-67-0120 Spacer

1/8" Hex Key

49-56-6560 Adapter
49-67-0120 Spacer

Contents
10 Piece 

49-22-4145
18 Piece 

49-22-4155

Hole Saws
	 3/4"	 7/8"	 1-1/8"  

	 1-1/2"	 1-3/4"	  2-1/4"

	 3/4"	 7/8"	 1-1/8"

	 1-3/8"	 1-1/2"	 1-3/4"

	 2-1/4"	 2-5/8"	 3"  

	 3-1/2"	 4"	  4-1/4"

	 4-1/2"	

Arbors
49-56-7010
49-56-9100 

49-56-7010
49-56-9100

Pilot Bits (2) Additional 49-56-8010 (3) Additional 49-56-8010

Other
49-56-6560 Adapter
49-67-0120 Spacer

49-56-6560 Adapter
49-67-0120 Spacer

Contents
10 Piece 

49-22-4095
19 Piece 

49-22-4105

Hole Saws
	 7/8"	 1-1/8"	 1-3/8"

	 1-3/4"	 2"	 2-1/2"

	 3/4"	 7/8"	 1-1/8"

	 1-3/8"	 1-1/2"	 1-3/4"  

	 2"	 2-1/4"	 2-1/2"  

	 2-5/8"	 3"	 3-5/8"  

	 4-1/8"	 4-3/4"	

Arbors
49-56-7010
49-56-9100

49-56-7010
49-56-9100

Pilot Bits (2) Additional 49-56-8010 (3) Additional 49-56-8010

Other
49-56-6560 Adapter
49-67-0120 Spacer

49-56-6560 Adapter
49-67-0120 Spacer

Up to 50% Longer Life

 

CARBIDE TIPPED HOLE SAWS

SPECIALTY APPLICATIONS
	 	 Designed for cutting cement board,  

		  ceramic tiles, fiberglass, cast iron and wood products  
		  such as fiberboard, flakeboard and plywood

LONG LIFE
	 	 Tungsten carbide tipped for long life

FAST CUTTING
	 	 Aggressive tooth form for fast cutting

EASY PLUG REMOVAL
	 	 Wide, angled & offset slots for easy plug access

Size
Individual  
Package

Conduit  
& Pipe

Pipe 
Tap

Copper 
Tube

5/8" 49-56-0623

3/4" 49-56-0753 3/8" 1/2" 1/2"

7/8" 49-56-0873 1/2" 3/4" 5/8"

1" 49-56-1003 3/4"

1-1/8" 49-56-1123 3/4" 1"

1-1/4" 49-56-1253 1"

1-3/8" 49-56-1373 1"

1-1/2" 49-56-1503 1-1/4" 1-1/4"

1-5/8" 49-56-1623

1-3/4" 49-56-1753 1-1/4" 1-1/2" 1-1/2"

1-7/8" 49-56-1873

2" 49-56-2003 1-1/2"

2-1/8" 49-56-2123

2-1/4" 49-56-2253 2" 2"

2-3/8" 49-56-2373

Size
Individual  
Package

Conduit  
& Pipe

Pipe 
Tap

Copper 
Tube

2-1/2" 49-56-2503 2"

2-5/8" 49-56-2623 2-1/2"

2-3/4" 49-56-2753

2-7/8" 49-56-2873

3" 49-56-3003 2-1/2" 2-1/2"

3-1/4" 49-56-3253 3"

3-1/2" 49-56-3503

3-5/8" 49-56-3623 3"

3-3/4" 49-56-3753 3-1/2"

4" 49-56-4003

4-1/4" 49-56-4253 4" 4"

4-1/2" 49-56-4503 4"

5" 49-56-5003

6" 49-56-6003

CARBIDE GRIT  
HOLE SAWS

SPECIALTY APPLICATIONS
		 Designed for cutting abrasive  

		  materials such as brick,  
		  block, cement board,  
		  fiberglass and tile

FAST CUTTING
		 Coarse grit & segmented  

		  edge for fast cutting

EASY PLUG REMOVAL
		 Wide, angled & offset slots  

		  for easy plug access

 
Size

Individual  
Package

Conduit  
& Pipe

Copper 
Tube

3/4" 49-56-0405 3/8" 1/2"

7/8" 49-56-0409 1/2" 5/8"

1" 49-56-0413 3/4"

1-1/8" 49-56-0417 3/4"

1-1/4" 49-56-0422 1"

1-3/8" 49-56-0426 1"

1-3/4" 49-56-0437 1-1/4" 1-1/2"

2" 49-56-0444 1-1/2"

2-1/4" 49-56-0449 2"

2-1/2" 49-56-0456 2"

RECESSED LIGHT  
HOLE SAWS

SMOOTH CUTS
		 Continuous grit edge  

		  for smooth cuts

ACCURATE 
HOLE SIZES
		 Solid, welded  

		  construction  
		  provides accurately  
		  sized holes

EASY PLUG REMOVAL
		 Open back for easy  

		  plug removal

 
Size

Individual  
Package

Use With 
Recessed 
Light Size

3-1/8" 49-56-0296 3"

4-3/8" 49-56-0300 4"

5-3/8" 49-56-0303 5"

6-3/8" 49-56-0305

6"6-5/8" 49-56-0310

6-7/8" 49-56-0315

DOOR LOCK KIT

Contents 49-22-4063

Hole Saws 	 1"	 2-1/8"

Arbors 49-45-7010

Pilot Bits 49-56-8010

Other
49-56-6560 Adapter
49-67-0120 Spacer

All sizes include carbide tipped pilot bit. All sizes include pilot bit.
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	Competitor A	 Competitor B	 Competitor C	 Ice Hardened™

Ice Hardened™ Hole Saws 
Life Performance

Up to 50% Longer Life than the Competition

MORE
HOLES 
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Up to 2X Faster Cutting than the Competition

Ice Hardened™ Hole Saws
 Speed Performance
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CUTS
FASTER


