





Low voltage, branch circuit fuses

Limitron fast-acting fuses

JJS GOOV, Class T Time-current characteristic curves—average melt

Specifications:

Description: Very fast-acting,
current-limiting fuse.

Dimensions: See page 1-6 for Class T
dimensions.

Ratings:
Volts — 600Vac (or less)
Amps — 1-800A RoHS

IR — 200kA RMS Sym.
Agency information: CE, Std. 248-15, Class T, UL Listed,
Guide JDDZ, File E4273, CSA Certified, Class 1422-02, File
53787, RoHS compliant.

Features and benefits:

» Series combination ratings with branch circuit breakers
allows broad range of coverage, independent of breaker
manufacturer.

» Current limitation for non-inductive circuits provides Class T
current-limiting response to maximum ground fault and
short-circuit conditions.

» 200KA interrupting rating provides high ratings at all
circuit locations.

« Small footprint allows more efficient use of available space.

Typical applications:
» Large apartment complexes
* Multi-family meter stacks
* VFD line protection

Catalog numbers (amps) Current limitation curves

$ $ $ $ $ $
$ $ $ $ $ $
$ $ $ $ $ $ JJs
$ $ $ $ $ $
$ $ $ $ $ $

Recommended fuse holders and blocks for Class T fuses
» See page 1-3

Data Sheet: 1029
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1 Low voltage, branch drcuit fuses

Plug fuses

w

Specifications:

Description: Fast-acting plug
fuse.

Dimensions: Edison base plug.
Construction: Brass threads
with plastic body.

Ratings:
Volts — 125Vac
Amps — %-12A

IR — 10kA RMS Sym.

Agency information: CE, Std. 248-11, UL Listed, Guide
JEFV, File E12112.

Features and benefits:

» Dependable, fast-acting circuit protection with 10kA
interrupting rating for added safety when applied to existing
plug fuse systems and 125-volt single-phase control
circuits.

Typical applications:
* Replacement only in existing systems.
» For general purpose circuit protection.
» Use for lighting and other non-motor circuits.

Catalog numbers* (amps)

W-% W-2 % W-6 W-10

W-1 W-3 W-6 % W-12

W-1 %o W-4 W-7 W-DUMMY**
W-2 W-5 W-8

*W-15, W-20, W-25, and W-30 plug fuses obsoleted. Suggest replacing with either T-(Amp)
or TL-(Amp) plug fuses.

** Non-conductive dummy base. Not a fuse.

Recommended fuse holders for W plug fuses
» See page 1-4

Data Sheet: 1036

SL and TL

Specifications
Description: Time-delay,
loaded link plug fuse.

Dimensions:
SL — Rejection base
TL — Edison base
Construction:
SL — Plastic base with rejection threads
TL — Brass threads with plastic body
Ratings:
Volts — 125Vac
Amps — 15-30A
IR — 10kA RMS Sym.

Agency information: CE, Std. 248-11, UL Listed, Guide
JEFV, File E12112.

Features and benefits
» Time-delay loaded link TL Edison base plug fuses pass
motor overload starting currents without opening and allow
closer sizing to motor load for added protection.
» Time-delay loaded link SL fuses provide a rejection
feature (when used alone or with Fustat adapters to retrofit
Edison base holders) to help prevent overfusing.

Typical applications
» Small motor and inductive load circuits with high in-rush
current levels.
» Used with box cover units to provide equipment protection.
» Applications benefiting from fuse rejection (SL series only).

SL catalog numbers (amps)
SL-15 SL-20 SL-25 SL-30

TL catalog numbers (amps)
TL-15  TL-20 TL-25 TL-30

Recommended fuse holders for SL and TL plug fuses
» See page 1-4
» See page 1-36 for Fustat adapters for use with SL plug fuses

Data Sheets: 1033 (SL) and 1035 (TL)

1-34 BUSSMANN SERIES FULL LINE CATALOG 1007—July 2015 Eaton.com/bussmannseries



Low voltage, branch drcuit fuses 1

Sand T

Specifications:
Description: Dual-element, time-delay plug
fuse.
Dimensions:
S — Rejection base
T — Edison base
Construction:
S — Plastic base with rejection threads
T — Brass threads with plastic body
Ratings:
Volts — 125Vac
Amps — S: %4-30A
— T: %-30A
IR — 10kA RMS Sym.
Agency information: CE, Std. 248-11, Type Sand T:
UL Listed (0-6%) Guide JFHR, File E56412 (7-30A) Guide

JEFV, File E12112; CSA Certified, Class 1423-01, File
53787.

Features and benefits:

» Time-delay, dual-element T Edison base plug fuses provide
small motor overload protection when used with box cover
units.

» Time-delay, dual-element S plug fuses provide a rejection
feature (when used alone or with Fustat adapters to retrofit
Edison base holders) to prevent overfusing of branch
circuits.

Typical applications:
* S — residential load centers
e T — box cover units for small motor overload
protection
» Applications benefiting from fuse rejection (S only)

S catalog numbers (amps)

S- S-%o S-1-% S-2-%0 S-4-% S-7 S-14
S-%o S-1 S-1-% S-3 S-5 S-8 S-15
S-%o S-1-% S-2 S-3-%o S-5-% S-9 S-20
S-% S-1-% S-2- S-3-% S-6 S-10 S-25
S-%o S-1-%o S-2-% S-4 S-6-% S-12 S-30
T catalog numbers (amps)

T-%o T-1-% T-2-% T-4 T-7 T-15

T-%o T-1-V T-2-% T-4-% T-8 T-20

T-% T-1-%o T-2-%0 T-5 T-9 T-25

T-% T-1-% T3 T-5-%0 T-10 T-30

T-%o T-1-%0 T-3-%0 T-6 T-12

T-1 T-2 T-3-% T-6-% T-14

Data Sheet: 1032 (S) and 1034 (T)
Recommended fuse holders for S and T plug fuses
» See page 1-4
» See page 1-36 for Fustat adapters for use with S plug fuse
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Plug fuses

P and TC

Specifications:
Description:
P - Type P dual-element fuse

TC - Type D dual-element, time-delay fuse
Dimensions: Edison base

Construction: Brass threads with plastic
body.

Ratings:
Volts — 125Vac or less
Amps — 15-30A
IR — 10kA
Agency information:
P - CSA Certified
TC - CSA Certified (Class 1423-01, File # 53787)

Features and benefits:
P
 “P” rating for Canadian applications.
* Non-time delay for non-inductive loads
TC
« “D” rating for Canadian applications
» Heavy duty TC fuses are industrial strength products,
featuring dual-element construction.
* This spring loaded design provides superior short-circuit
and overload protection.
* The TC fuses have more time-delay than the medium
duty fuses in order to better protect industrial motors and
residential circuits.

Typical applications:
* P — Non-inductive loads, residential load centers
» TC — Box cover units for small motor overload protection

P catalog numbers (amps)
P-15 P-20 P-25

P-30

TC catalog numbers (amps)
TC-15 TC-20 TC-25 TC-30

Data Sheet: 1039 (TC only)
Recommended fuse holders for P and TC plug fuses
 See page 1-4
» See page 1-36 for Fustat adapters for use with S plug fuse
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1 Low voltage, branch drcuit fuses

Plug fuses

MB Edison base circuit breakers

Specifications:
Description: Edison base manual reset circuit breakers.
Dimensions: Edison base
Construction: Brass threads with plastic body
Ratings:
Volts — 125Vac only
Amps — 15-20A
IR — 10kA RMS Sym.
Agency information: UL Listed, File E14942

Features and benefits:
« Fit standard Edison base fuse receptacles.
* Resettable upon overload event.

Typical applications:*
* Replacing Edison base plug fuses in residential fuse panels.
Catalog numbers* (Amps)

MB-15

MB-20

* Not for use in box cover units or for inductive loads.

SA Fustat fuse adapters

Specifications:
Description: Adapters for using Type S and SL rejection
fuses in Edison base fuse sockets.

Agency information: UL Listed, File E12853; CSA Certified
File #6225-01, File #47235.

Features and benefits:

» Fustat adapters screw into the “Edison” thread fuse sockets
of standard fuse boxes making it easy to retrofit existing
fuse installations

» Available in various amp ratings to cover a wide range of
rating requirements

Typical applications:
» Plug fuse installations where it is desirable to restrict fuse
amp ratings

Catalog numbers (amps)

SA-1* SA-3-%0" SA-10*
SA-1-%4* SA-4* SA-15**
SA-1-%* SA-5* SA-20**
SA-2* SA-6-%* SA-30**
SA-2-%* SA-8*

* Single motor circuits.
** Branch circuits.

Fustat™ adapters for small motor protection*

Adapter Accepts fuses
SA-1 S-1 or smaller
SA-1-% S-1-% or smaller
SA-1-% S-1-%o or smaller

SA-2 S-2 or S-1-%

SA-2-% S-2-% to S-1-%o
SA-3-%o S-3-%0 to S-1-%o
SA-4 S-4 to S-3-%
SA-5 S-51to0 S-3-%
SA-6-% S-6-% to S-3-%
SA-8 S-8 to S-7
SA-10 S-10 to S-7
SA-15 S-15to S-7
SA-20 S-20

SA-30 S-30 to S-25

* Both motor running and short-circuit protection.

Fustat™ adapters for branch circuit protection

Adapter Accepts fuses
SA-15 S-15to0 S-7
SA-20 S-20

SA 30 S-30 to S-25
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