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Philips Lightolier continues to set

new standards in design, efficiency and
flexibility with its Calculite, specification
grade, archrtectural downlights.

Contents
LED lighting (light emitting diode) > 1.2
CFL lighting (CFL lighting) > 116
HID lighting (High intensity discharge) > 1.44
Low & line voltage lighting lighting > 1.86
ProSpec Linear > 1.140
Accessories & options > 1.144
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Downlighting — Professional — Calculite

Calculite LED 174" aperture

Round downlight

— e
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21254
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Reflector

C2LDLWHW (Downlight)
C2LLWWHW (Wall washer)

How to specify

CCT
30K

Installation/input voltage
R1

Light engine/Frame-in kit
C2L04DL

Beam spread
12

Beam spread

options Reflector finish options Ordering guide: installation accessories
Beam Reflector Aperture -
spread Code finish matching flange Flangeless Accessories-installation Lumen package (nominal)
12 Degree 12 Comfort clear diffuse CCDP CCDFT CA2FMR Round aperture flush-mount mud-in ring*
17 Degree 17 White WHW WHFT CA2X2FMR Square aperture flush-mount mud-in ring*
25 Degree 25 Champagne bronze cczp CCZFT caLic IC frame (new construction)*
38 Degree 38 Black BKP BKFT C2LMP New construction mounting pan*
* Recommended for specific applications
Trim/frame compatibility
Light engine Ceiling Input
Aperture /Frame-in kit Description cutout  Type voltage Technology Wattage Length ~ Width Height
1.75"
Flanged
C2L04DL30K12R1 400 Lumen downlight, 3000K, 12 Degree beam 2 1/8"  Non-IC 120V White Light LED See 10.25" 425" 5.25"
C2L04DL30K17R1 400 Lumen downlight, 3000K, 17 Degree beam 21/8"  Non-IC 120V White Light LED specification 10.25" 425" 525"
C2L04DL30K25RT 400 Lumen downlight, 3000K, 25 Degree beam 21/8"  Non-IC 120V White Light LED sheet 10.25" 425" 525"
C2L04DL30K38R1T 400 Lumen downlight, 3000K, 38 Degree beam 21/8"  Non-IC 120V White Light LED 10.25" 425" 525"

* For flangeless, add “FT". Example: C2LO4DLFT30K12R1. CA2FMR flangeless accessory ring recommended for gypsum installations.

#** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

134", 400 Lumen, round, 1

Reflector trim: C2L04DL30K11R1/C2LDLCCDW

Output lumens: 347
Center beam candlepower: 4711
Correlated color temp: 3000K

20

Output lumens: 414

134" 400 Lumen, round, 17°

Reflector trim:C2L04DL30K17R1/C2LDLCCDW

Center beam candlepower: 3123
Correlated color temp: 3000K

Angle Mean Lumens Angle Mean Lumens
CcP CP
0 4711 1125 0 3123 750
5 2969 186 5 2589 200
10 534 60° 10 1213
15 320 93 2250 H 15 476 147 1500
20 253 20 261
25 100 51 25 125 57
30 26 3375 30 31 2250
35 15 10 35 1 8
40 9 40 5
45 6 5 4500 30° 45 2 2 3000
50 4 50 1
55 2 2 55 0 0
60 1 60 0
65 0 0 65 0 0
14 Philips Lightolier

60°

30°

134" 400 Lumen, round, 25°

Reflector trim:C2L04DL30K25R17R1/C2LDLCCDW

Output lumens: 348

Center beam candlepower: 1517

Correlated color temp: 3000K

60°

30°

Angle Mean Lumens
CP
0 1517 400
5 1366 118
10 972
15 564 155 800
20 291
25 114 57
30 37 1200
35 18 12
40 10
45 5 4 1600
50 2
55 1 1
60 0
65 0 0

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

Calculite LED 174" aperture

Square downlight

—
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How to specify
Light engine/Frame-in kit CCT Beam spread Installation/input voltage ~ Reflector
C2L04DL 30K 12 R1 C2X2LDLWHW (Downlight)
C2X2LLWWHW (Wall washer)
Beam spread
options Reflector finish options Ordering guide: installation accessories
Beam Reflector Aperture -
spread Code | finish matching flange Flangeless Accessories-Installation Lumen Package (nominal)
12 Degree 12 Comfort clear diffuse CCDP CCDFT CA2FMR Round aperture flush-mount mud-in ring*
17 Degree 17 White WHW WHFT CA2X2FMR Square aperture flush-mount mud-in ring*
25 Degree 25 Champagne bronze cczp CCZFT C2LIC IC frame (new construction)*
38 Degree 38 Black BKP BKFT C2LMP New construction mounting pan®

* Recommended for specific applications

Trim/frame compatibility

Light engine Ceiling Input
Aperture /Frame-in kit Description cutout  Type voltage Technology Wattage Length  Width Height
1.75"
Flanged
C2L04DL30K12R1 400 Lumen downlight, 3000K, 12 Degree beam 21/8"  Non-IC 120V White Light LED See 10.25" 425" 525"
C2L04DL30K17R1 400 Lumen downlight, 3000K, 17 Degree beam 21/8"  Non-IC 120V White Light LED specification 10.25" 425" 525"
C2L04DL30K25R1 400 Lumen downlight, 3000K, 25 Degree beam 2 1/8"  Non-IC 120V White Light LED sheet 10.25" 425" 525"
C2L04DL30K38R1 400 Lumen downlight, 3000K, 38 Degree beam 21/8"  Non-IC 120V White Light LED 10.25" 425" 525"

* For flangeless, add “FT". Example: C2LO4DLFT30K12R1. CA2X2FMR flangeless accessory ring recommended for gypsum installations.

*¥ As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

134" 400 Lumen, round, 38° Optional installation accessories —r 25 Ty
Reflector trim: C2L04DL30K38R1/C2LDLCCDW The standard C2L product offering is Non-IC, wet location listed* with no additional ] % | {27
Output lumens: 335 “frame-in kit" required. Listed below are additional frame options. 3% R NP
Center beam candlepower: 787 N2
Correlated color temp: 3000K C2LIC IC frame (new construction). e W
e C2LMP
0 New construction mounting pan provides ability to prelocate.
pjg‘ wiring for easy below-ceiling access. Includes bar hangers with
4 preset screws which accommodate 12"-24" joist spacing. Bars also F‘ - n
attach to T-bar ceilings. Width: 5.5", Length (min): 13.12" e
@\L 836"
L
Round aperture flush-mount mud-in ring. Recommended for }_' v
CA2FMR gypsum applications. Perforated flange allows installation only C2LMP
14" from vertical structure, including corners.
Angle M:an Lumens Square aperture flush-mount mud-in ring. Recommended for
0 ;:87 gypsum applications. Perforated flange allows installation only
5 797 76 200 CA2X2FMR | 14" from vertical structure, including corners. Square plate
10 747 60° secures magnetically to mud-in ring. Tether included.
15 569 152 400
20 350
25 164 79 T  [°.0.6.9.0.0.0.1¥ o
30 66 400 Pesessds
33503 21 vl L sl
40 17 25t | [ oo 26
45 8 6 800 30° [ i
50 2 CAZX2FMR
55 1 1
60 0 Square aperture photometric data not yet available at time of printing.
65 0 0 Please see product specification sheet for updated, accurate performance data.

Comprehensive lighting catalog 7th Edition 1.5



Downlighting — Professional — Calculite

Calculite LED 6" & /" aperture

Downlight medium beam (0.9 S.C.)

Sl
| [

Color

( - D temperature options Reflector finish options
Color Reflector White Aperture -
. temperature Code finish flange matching flange Flangeless
How to specify
o i 2700K 27K Specular clear CLW CLP CLFT
o Beam Finish/ Frame-in 3000K 30K Comfort clear cclw  CCLP CCLFT
Trimkit  CCT (6"&7"only) flange kit 3500K 35K Comfort clear diffuse ~ CCDW ~ CCDP CCDFT
Cé6L1520DL 27K M CLW  C6L15N1 4000K 40K Champagne bronze cczw  cczp CCZFT
White WHW  N/A WHFT
Trim/frame compatibility
Light engine Ceiling Input
Aperture  Trim kit description Frame-in kit* cutout  Type voltage Technology Wattage** Width Height
6" C6L1520DL_ _ _M  1500/2000 Lumen C6L15N1 (1500 Lumen) 6 9/16" Non-IC 120V Remote phosphor  See 10 1/8" 71/4"
downlight C6L15N2 (1500 Lumen) 6 9/16"  Non-IC 277V Remote phosphor  specification 10 1/8" 714"
C6L20N1 (2000 Lumen) 6 9/16"  Non-IC 120V Remote phosphor  sheet 10 1/8" 71/4"
C6L20N2 (2000 Lumen) 6 9/16"  Non-IC 277V Remote phosphor 101/8" 714"
7" C711520DL_ _ _M  1500/2000 Lumen C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote phosphor 1113/16" 81/8"
downlight C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote phosphor 11 13/16" 81/8"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote phosphor 1113/16" 81/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote phosphor 1113/16" 81/8"
*Remodeler & retrofit frames also available. See specification sheet for details A 20"
Length (bars) is 20" -30

#** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

6", 1500 Lumen 6", 2000 Lumen 7", 2000 Lumen

Reflector trim: C6L1520DL30KMCLW Reflector trim: C6L1520DL30KMCLW Reflector trim: C7L1520DL30KMCLW
Output lumens: 1312 Output lumens: 1805 Output lumens: 1998

Correlated color temp: 3000K Correlated color temp: 3000K Correlated color temp: 3000K

L

Angle Mean Lumens Angle Mean Lumens Angle Mean Lumens
cP cP cP
0 1672 500 0 1692 500 0 2298 500
5 1625 153 5 1664 158 5 2233 210
10 1551 60° 10 1634 60° 10 2130 1000 60°
15 1477 417 1000 15 1594 449 1000 15 2028 573
20 1405 20 1518 20 1931 1500
25 1182 501 25 1300 562 25 1630 690
30 612 1500 30 768 1500 30 843
35 313 205 35 351 238 35 431 282 2000
40 139 40 147 40 191
45 32 35 2000 30° 45 35 37 2000 30° 45 44 48 2500 30°
50 3 50 3 50 4
55 1 1 55 1 1 55 2 2
60 1 60 10 60 1
65 0 0 65 0 0 65 1 1
70 0 70 0 70 0
75 0 0 75 0 0 75 0 0
80 0 80 0 80 0
85 0 0 85 0 0 85 0 0
90 0 90 0 90 0

1.6 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

Calculite LED 4", 6" & /" aperture

Downlight wide beam (1.2 S.C.)

/)
®
[ I
Color
temperature options Reflector finish options
Color Reflector White Aperture -
temperature Code finish flange matching flange Flangeless )
2700K 27K Specular clear clw  CLp CLFT How to specify
3000K 30K Comfort clear cClw  CCLp CCLFT Beam Finish/ Frame-in
3500K 35K Comfort clear diffuse CCDbw  CCDP CCDFT Trim kit CCT (6" & 7" only) flange kit
4000K 40K Champagne bronze cczw - Ccczp CCZFT C6L1520DL 27K W CLW C6L15N1
White WHW  N/A WHFT
Trim/frame compatibility
Light engine Ceiling Input
Aperture Trim kit description Frame-in kit* cutout Type voltage Technology Wattage**  Width Height
4" C4L05DL 500 Lumen downlight C4LO5N1 51/8" Non-IC 120V Remote phosphor  See 9 3/16" 61/8"
C4L05N2 51/8" Non-IC 277V Remote phosphor  specification 9 3/16" 61/8"
4" C4L10DL 1000 Lumen C4L10N1 51/8"  Non-IC 120V Remote phosphor  ¢heet 9 3/16" 61/8"
downlight C4L10N2 51/8" Non-IC 277V Remote phosphor 9 316" 61/8"
6" C6L1520DL_ _ _W  1500/2000 Lumen C6L15N1 (1500 Lumen) 69/16" Non-IC 120V Remote phosphor 101/8" 71/4"
downlight C6L15N2 (1500 Lumen) 69/16" Non-IC 277V Remote phosphor 101/8" 71/4"
C6L20N1 (2000 Lumen) 69/16" Non-IC 120V Remote phosphor 101/8" 714"
1500/2000 Lumen C6L20N2 (2000 Lumen) 69/16" Non-IC 277V Remote phosphor 101/8" 71/4"
7" C71L1520DL_ _ _W  downlight C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote phosphor 1113/16"  81/8"
C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote phosphor 1113/16"  81/8"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote phosphor 1113/16"  81/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote phosphor 1113/16"  81/8"
*Remodeler & retrofit frames also available. See specification sheet for details. Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4" 1000 Lumen 6" 1500 Lumen 6" 2000 Lumen
Reflector trim: C61520DL30KWCLW

Reflector trim: C4L10DL30KCLW Reflector trim: C6L1520DL30KWCLW

Output lumens: 1954
Output lumens: 1034 Output lumens: 1426 Correlated color temp: 3000K
Correlated color temp: 3000K Correlated color temp: 3000K p:

TN

.r

|

Angle Mean Lumens Angle Mean Lumens Angle Mean Lumens

CP CcP CP
0 577 200 0 1000 500 0 1369 500
5 595 153 5 1001 96 5 1371 131

60° 60° 60°

10 647 10 1010 10 1382
15 693 417 400 15 1056 297 1000 15 1445 407 1000
20 692 20 1049 20 1436
25 665 501 25 1003 459 25 1374 629
30 6N 6o 30 9m 1500 30 1249 1900
35 529 205 35 742 451 35 1017 619
40 405 800 30° 40 475 2000 30° 40 653 2000 30°
45 188 35 45 108 116 45 149 160
50 15 50 10 50 14
55 4 1 55 5 5 55 7 6
60 2 60 3 60 4
65 1 0 65 2 2 65 2 2
70 1 70 1 70 1
75 0 0 75 1 1 75 1 1
80 0 80 0 80 0
85 0 0 85 0 0 85 0 0
90 0 90 0 90 0

Comprehensive lighting catalog 7th Edition 1.7



Downlighting — Professional — Calculite

Calculite LED 4", 6" & /7" aperture

Lensed wall washers

= ]
Color
temperature options Reflector finish options
Color Reflector White Aperture -
. temperature Code finish flange matching flange Flangeless
How to specify
2700K 27K Specular clear CLwW CLP N/A
Trim kit CCT Finish/flange Frame-in kit 3000K 30K Comfort clear CCLW  CCLP N/A
C6L1520DL 27K CLW C6L15N1 3500K 35K Comfort clear diffuse CCDW  CCDP N/A
4000K 40K Champagne bronze cCzw  CCzp N/A
) o White WHW  N/A N/A
Trim/frame compatibility
Frame-In Ceiling Input
Aperture  Trim kit Light engine description Kit* cutout Type voltage Technology Wattage** Width  Height
4" CA4LOSLW 500 Lumen lensed wall washer CA4LOSN1 51/8" Non-IC 120V Remote phosphor  See 93/16" 53/8"
C4LOSN2 51/8" Non-IC 277V Remote phosphor  specification 9 3/16" 5 3/8"
4" CAL1OLW 1000 Lumen lensed wall washer CAL1ON1 51/8" Non-IC 120V Remote phosphor  sheet 9316 5378
C4L10N2 51/8" Non-IC 277V Remote phosphor 303{{]/2“ ZS;S"
6" C6L1520LW  1500/2000 Lumen lensed wall washer ~ C6L15N1 (1500 Lumen) 6 9/16" Non-IC 120V Remote phosphor 101/8" 6 5/8"
C6L15N2 (1500 Lumen) 6 9/16" Non-IC 277V Remote phosphor 101/8" 65/8"
C6L20N1 (2000 Lumen) 6 9/16" Non-IC 120V Remote phosphor 101/8" 6 5/8"
C6L20N2 (2000 Lumen) 6 9/16" Non-IC 277V~ Remote phosphor 101/8" 7 3/8"
7" C711520LW  1500/2000 Lumen lensed wall washer ~ C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote phosphor 10 1/8" 7 3/8"
C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote phosphor 101/8" 73/8"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote phosphor 101/8" 7 3/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote phosphor

*Remodeler & retrofit frames also available. See specification sheet for details  Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4" 1000 Lumen 6" 1500 Lumen 6", 2000 Lumen

Trim: C4L10LW30KCLW
Reflector finish:
Specular clear

Trim: C6L1520LW30KCLW
Reflector finish:
Specular clear

Trim: C6L1520LW30KCLW
Reflector finish:
Specular clear

Correlated Correlated Correlated
color temp: 3000K color temp: 3000K color temp: 3000K
150 o 250 o 250 >
300 500 500
50 750 750
I~ 300\ Wall S~ | 2o Wal _ 00\ Wall
Downlight 600 Wash Downlight 1000 Wash Downlight 1000 Wash
Side Side Side Side Side Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center 3' from wall - 3' on center
OoO— 3 —O O— 3 —O O— 3 —O

1" 5 4 5 1 8 6 8 1" 9 8 9

2' 14 12 14 2! 21 18 21 2' 24 22 24

3 19 18 19 3 26 25 26 3 32 30 32

I 18 17 18 . & 24 24 24 . & 32 31 32
g 15 15 15 8 5 21 21 21 8 5 27 27 27
£ ¢ 13 12 13 =S 17 17 17 £ 6 23 23 23
g 7 10 10 10 e 7 14 14 14 g 7 19 19 19
g 8 9 9 9 T 8 12 12 12 T 8 16 16 16
g 9 8 7 8 g 9' 10 10 10 g 9' 14 13 14
PR 7 7 7 “@ 09 8 9 “g 100 12 12 12
§ 2 5 5 5 § 12' 7 7 7 § 12' 9 9 9
5 14 4 4 2 14 6 6 6 2 14 8 8 8

1.8 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

Calculite LED 4", 6" & /" aperture

Open wall washers

©
1
Color
temperature options Reflector finish options
Color Reflector White Aperture -
temperature Code finish flange matching flange Flangeless )
2700K 7K Specular clear aw - cp CLFT How to specify
3000K 30K Comfort clear CCLw  CCLP CCLFT Trim kit CCT  Finish/flange Frame-in kit
3500K 35K Comfort clear diffuse CCDw  CCDP CCDFT COLI520WW 27K CLW C6LI5N1
4000K 40K Champagne bronze cczw  CCzp CCZFT
White WHW  N/A" WHFT
Trim/frame compatibility
Ceiling Input
Aperture Trim kit Light engine description Frame-in kit* cutout  Type voltage Technology Wattage**  Width Height
4" C4LOSWW 500 Lumen open wall washer C4LO5N1 51/8"  Non-IC 120V Remote Phosphor See 936"  61/8"
C4LO5N2 51/8"  Non-IC 277V Remote Phosphor specification 9 3/16" 6 1/8"
4 C4ALIOWW 1000 Lumen open wall washer CALIONT 51/8"  Non-IC 120V Remote Phosphor sheet 93ne" 61/
CALION2 51/8"  Non-IC 277V Remote Phosphor ‘19034 W/S é 1; 3"
6" C6L1520WW 1500/2000 Lumen open wall washer  C6L15N1 (1500 Lumen) 6 9/16"  Non-IC 120V Remote Phosphor 101/8" 7 1/4"
C6L15N2 (1500 Lumen) 6 9/16"  Non-IC 277V Remote Phosphor 101/8" 714"
C6L20N1 (2000 Lumen) 6 9/16"  Non-IC 120V Remote Phosphor 101/8" 7 1/4"
C6L20N2 (2000 Lumen) 6 9/16"  Non-IC 277V Remote Phosphor 101/8"  75/8"
7" C7L1520WW 1500/2000 Lumen open wall washer  C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote Phosphor 101/8"  75/8"
C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote Phosphor 101/8" 758"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote Phosphor 101/8" 7 5/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote Phosphor Length (bars) is 20" -30"

*Remodeler & retrofit frames also available. See specification sheet for details

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4" 1000 Lumen 6" 1500 Lumen 6" 2000 Lumen

Reflector trim: Reflector trim: Reflector trim:

C4L10WW30KCLW C6L1520WW30KCLW C6L1520WW30KCLW
Reflector finish: Reflector finish: Reflector finish:
Specular clear Specular clear Specular clear
Correlated 60° Correlated 60° Correlated color
color temp: 3000K color temp: 3000K temp: 3000K
200 250
400 e
700 30° 750 30°
_ Wall } Wall ) Wall
Downlight ~—1 Wash Downlight ~ 1 Wash Downlight I~ Wash
Side 800 Side Side 1000 Side Side 1000 A Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center 3' from wall - 3' on center
O—3—O O—3—O O—3—O
1 7 7 7 1" 10 9 10 1" 14 13 14
7 12 12 12 7 25 25 25 7 35 32 35
3 17 17 17 3 25 24 25 3 35 34 35
I 16 16 16 . ¥ 21 22 21 . ¥ 29 30 29
g 5 14 14 14 8 5 19 19 19 g & 27 26 27
£ 6 12 12 12 £ 6 17 17 17 £ 6 23 23 23
g 7 12 12 12 g 7 15 15 15 g 20 20 20
g g 10 10 10 g 8 13 13 13 g 8 18 18 18
§ 9 9 9 9 E 9 11 11 11 5 9 16 16 16
=0 8 8 8 =100 10 10 10 ‘g 0 14 14 14
g o 7 7 7 g o 9 9 9 § 7 n ) )
Y 6 6 6 2 14 8 8 8 5 14" 10 10 10

Comprehensive lighting catalog 7th Edition 1.9



Downlighting — Professional — Calculite

Calculite LED 4", 6" & /7" aperture

Double wall washers

[N

Color
temperature options Reflector finish options
Color Reflector White Aperture -
How to Specify temperature Code finish flange matching flange Flangeless
Trim kit CCT Finish/flange Frame-in kit 2700K 27K Specular clear cw cp CLFT
C6L1520DW 27K CLW C6L15NA 3000K 30K Comfort clear cClw  CCLp CCLFT
3500K 35K Comfort clear diffuse CChbw  CCDP CCDFT
4000K 40K Champagne bronze cczw - cczp CCZFT
White WHW  N/A WHFT
Trim/frame compatibility
Ceiling Input
Aperture Trim kit Light engine description Frame-in kit* cutout Type voltage Technology Wattage**  Width Height
4" C4LO5DW 500 Lumen double wall washer C4LO5SN1DW 51/8"  Non-IC 120V Remote phosphor See 93/16" 51/3"
C4LO5N2DW 51/8" Non-IC 277V Remote phosphor specification 9 3/16" 51/3"
4" C4L10DW 1000 Lumen double wall washer C4L10N1DW 51/8"  Non-IC 120V Remote phosphor sheet 9 3/1 6:: 5 1/3:
CALI0DW 1000 Lumen double wall washer C4L10N2DW 51/8"  Non-IC 277V Remote phosphor ‘1’0347/2" ; lﬁ
6" C6L1520DW 1500/2000 Lumen double wall washer  C6L15N1 (1500 Lumen) 6 9/16"  Non-IC 120V Remote phosphor 101/8" 7 1/4"
C6L15N2 (1500 Lumen) 6 9/16"  Non-IC 277V Remote phosphor 101/8" 7 1/4"
C6L20N1T (2000 Lumen) 6 9/16"  Non-IC 120V Remote phosphor 101/8" 7 1/4"
C6L20N2 (2000 Lumen) 6 9/16"  Non-IC 277V Remote phosphor 10 1/8" 81/8"
7" C711520DW 1500/2000 Lumen double wall washer  C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote phosphor 101/8" 81/8"
C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote phosphor 101/8" 81/8"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote phosphor 101/8" 81/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote phosphor

) ) L ) Length (bars) is 20" -30"
*Remodeler & retrofit frames also available. See specification sheet for details

#** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4",1000 Lumen 6", 1500 Lumen 6", 2000 Lumen

NI/
L

Trim:
C6L1520DW30KCLW
Reflector finish:
Specular clear

Trim:
C4L10DW30KCLW
Reflector finish:
Specular clear

Trim:
C6L1520DW30KCLW
Reflector finish:
Specular clear

Correlated Correlated Correlated
color temp: 3000K color temp: 3000K color temp: 3000K
150 o 250 0
300 500
450 750
300\ Wall Wall 300\ Wall
Downlight 600 Wash Downlight Wash Downlight Wash
Side Side Side Side Side 1000 Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
6' from hallway - 3' on center 6' from hallway - 3' on center 6' from hallway - 3' on center
O— 33— O— 33— O— 33—
1 12 12 12 1 21 21 21 1 29 29 29
2' 18 17 18 2' 40 38 40 2' 55 53 55
3 24 24 24 3 40 39 40 3 55 54 55
. 4' 25 26 25 . 4' 36 37 36 o 4' 49 51 49
8 5 24 23 24 8 5 33 32 33 8 5 45 45 45
£ 6' 21 21 21 £ 6' 29 29 29 £ 6' 39 40 39
g 7 18 18 18 g 7 26 25 26 g 7 35 35 35
Q 8' 16 16 16 g 8' 23 23 23 g 8' 31 31 31
E 9 14 14 14 E 9 20 20 20 E 9 28 28 28
=100 13 13 13 = 100 18 18 18 = 100 25 25 25
o [} [}
§ 12 il i i § 12 15 15 15 E 12 20 21 20
a 14 9 9 9 a 14 13 13 13 a 14 17 17 17

110 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

Calculite LED 6" & /" aperture

Corner wall washers

Color
temperature options Reflector finish options
Color Reflector White Aperture -
temperature Code finish flange matching flange Flangeless How to Specify
ééggi ;Z)E SCpec?\ar cl‘ear E(L:W EEP ECL:FT Trim kit CCT Finish/flange Frame-in kit
omfort clear Lw LP LFT
3500K 35K Comfort clear diffuse CCDbw  CCDP CCDFT ceL1s20cw 27 CLw CoLISNT
4000K 40K Champagne bronze cczw - Ccczp CCZFT
White WHW  N/A" WHFT
Trim/frame compatibility
Ceiling Input
Aperture Trim kit Light engine description Frame-in kit* cutout Type voltage Technology Wattage** Width Height
6" C6L1520CW  1500/2000 Lumen corner wall washer  C6L15N1 (1500 Lumen) 6 9/16"  Non-IC 120V Remote phosphor  See 101/8" 7 1/4"
C6L15N2 (1500 Lumen) 6 9/16" Non-IC 277V Remote phosphor specification 10 1/8" 7 1/4"
C6L20N1 (2000 Lumen) 6 9/16"  Non-IC 120V Remote phosphor  sheet 101/8" 7 1/4"
C6L20N2 (2000 Lumen) 6 9/16" Non-IC 277V Remote phosphor 10 1/8" 7 1/4"
7" C7L1520CW  1500/2000 Lumen corner wall washer ~ C7L15N1 (1500 Lumen) 8" Non-IC 120V Remote phosphor 101/8"  81/8"
C7L15N2 (1500 Lumen) 8" Non-IC 277V Remote phosphor 101/8" 81/8"
C7L20N1 (2000 Lumen) 8" Non-IC 120V Remote phosphor 101/8" 81/8"
C7L20N2 (2000 Lumen) 8" Non-IC 277V Remote phosphor 101/8" 81/8"
*Remodeler & retrofit frames also available. See specification sheet for details Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

6", 1500 Lumen 6", 2000 Lumen

Trim: Trim:
C6L1520CW30KCLW C6L1520CW30KCLW
Reflector finish: Reflector finish:
Specular clear Specular clear
Correlated color Correlated color
temp: 3000K 0° temp: 3000K o
P 200 P 250 X°
400 500
600 750
Downligh ~ Downlight e
ownlight Wash ownli as|
Side |800 Side Side 0oy Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center
1.5' 3 4.5 1.5' 3' 4.5'
O
1 9 I 9 1 13 16 15
2! 16 20 18 2! 24 30 30
g 3 18 21 21 B 3 28 34 35
e 47 2 25 < 4 2% 32 36
oo 5 16 20 23 ) 23 28 32
= ¢ 15 19 22 £ ¢ 22 26 29
s 7 15 18 20 s 7 21 25 27
§ @ 15 17 18 E @ 20 23 25
- 9' 14 16 17 = 9 19 22 23
S 100 13 15 16 g 100 18 20 22
T o 12 13 14 g1 17 18 19
a8 14 N 11 12 8 14 15 16 17
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How to specify

Trim kit

Cé6X6L1520DL 27K CLW

Color

Color
temperature

2700K
3000K
3500K
4000K

CCT

Frame-in kit

C6L15N1

Finish/flange

Trim/frame compatibility

Aperture  Trim kit Light engine description Frame-in kit*
4" x4" C4X4L05DL 500 Lumen downlight C4X4L05N1
C4X4L05N2
4" x 4" C4X4L10DL 1000 Lumen downlight C4XAL10N1
C4X4L10N2
6" x 6" C6X6L1520DL 1500/2000 Lumen downlight  C6X6L15N1 (1500 Lumen)

C6X6L15N2 (1500 Lumen)
C6X6L20N1 (2000 Lumen)
C6X6L20N2 (2000 Lumen)

temperature options

Code

27K
30K
35K
40K

Reflector finish options

Calculite LED 4" & 6" squares

Downlight wide beam (1.2 S.C.)

Reflector White Aperture -

finish flange matching flange Flangeless™

Specular clear CLwW CLP CLFT

Comfort clear cCcltw - CCLp CCLFT

Comfort clear diffuse CCDwW  CCDP CCDFT

White WHW  N/A WHFT

*Available
in 6"x6" only
Input

Type voltage Technology Wattage** Width Height
Non-IC 120V Remote phosphor  See specification 10 3/4" 61/4"
Non-IC 277V Remote phosphor  sheet 10 3/4" 61/4"
Non-IC 120V Remote phosphor 10 3/4" 61/4"
Non-IC 277V Remote phosphor 10 3/4" 61/4"
Non-IC 120V Remote phosphor 121/2" 714"
Non-IC 277V Remote phosphor 12172" 714"
Non-IC 120V Remote phosphor 121/2" 71/4"
Non-IC 277V Remote phosphor 12172" 714"

Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4"x4", 1000 Lumen

Reflector trim: C4X4L10DL30KCLW
Output lumens: 1048
Correlated color temp: 3000K

Angle 0 45 Lumens Angle 0 45

Degree Degree Degree Degree
0 727 727
5 722 728 70 1143 1143
10 727 733 1138 R
15 735 746 210 1139 1144
20 724 756 1129 132
25 696 743 329 1088 1093
30 624 693 999 1019
35 499 571 323 839 882
40 285 385 596 669
45 80 189 m 392 440
50 12 55 204 220
55 2 8 6 49 61
60 1 0 55 5 8
65 0 0 0 60 2 4
70 0 0 65 1 2
75 0 0 0 70 0 1
80 0 0 75 0 0
85 0 0 0 80 0 0
90 0 0 85 0 0

90 0 0

112 Philips Lightolier

6"x6", 1500 Lumen

Reflector trim: C6X6L1520DL30KCLW
Output lumens: 1512
Correlated color temp: 3000K

6"x6", 2000 Lumen

Reflector trim: C6X6L1520DL30KCLW

Output lumens: 2081
Correlated color temp: 3000K

Lumens

400

m

800
318

463 1200

415
1600
184

20

Angle 0 45 Lumens
Degree Degree
400
0 1571 1571
0% 5 1565 1568 152
10 1566 1572 800
15 1552 1555 437
20 1495 1522
25 1375 1428 637 1200
30 156 1272
o\ 35 822 1017 571 1600
40 542 687
45 282 382 254
50 69 165
55 7 M 27
60 3 4
65 1 2 2
70 1 1
750 0 0
80 0 0
85 0 0 0
9 0 0

=

For complete specification information visit w

60°

30°

w.lightoliercom
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Calculite LED 4" & 6" squares

Lensed wall washers

9/& 2 i
Color

temperature options Reflector finish options

Color Reflector White Aperture -
temperature Code finish flange matching flange  Flangeless How to Specify
2700K 27K Specular clear CLwW CLP CLFT Finish/
3000K 30K Comfort clear CcCtw  CCLp CCLFT Trim kit CCT flange Frame-in kit
3500K 35K Comfort clear diffuse CCDW  CCDP CCDFT C6X6L1520WW 27K CLW C6X6L15N1
4000K 40K Champagne bronze cCzw  CcCczp WHFT
White WHW  N/A *Available in
6"x6" only
Trim/frame compatibility
Input
Aperture Trim kit Light engine description Frame-in kit* Type voltage Technology Wattage** Width Height
4" x 4" C4X4LO5SWW 500 Lumen lensed wall washer C4X4L05N1 Non-IC 120V Remote phosphor  See 103/4"  51/2"
C4X4L05N2 Non-IC 277V Remote phosphor  specification 10 3/4"  51/2"
4" x 4" C4X4L10WW 1000 Lumen lensed wall washer C4X4L10N1 Non-IC 120V Remote phosphor  sheet 103/4"  51/2"
C4XA4L10N2 Non-IC 277V Remote phosphor 103/4"  51/2"
6"x 6" C6X6L1520WW 1500/2000 Lumen lensed wall washer  C6X6L15N1 (1500 Lumen)  Non-IC 120V Remote phosphor 1212" 614"
C6X6L15N2 (1500 Lumen)  Non-IC 277V Remote phosphor 12212"  61/4"
C6X6L20N1 (2000 Lumen)  Non-IC 120V Remote phosphor 12172 614"
C6X6L20N2 (2000 Lumen)  Non-IC 277V Remote phosphor 12172"  61/4"

Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4"x4", 1000 Lumen 6"x6", 1500 Lumen 6"x6", 2000 Lumen

et 2

e Co
\
7 ____\n

U | L&
//‘

Reflector trim: Reflector trim: Reflector trim:
CAXAL10WW30KCLW C6X6L1520WW30KCLW o C6X6L1520WW30KCLW o
Correlated 150 Reflector finish: 250 Reflector finish: 250
color temp: 3000K 0° Specular clear Specular clear
300 Correlated color 500 Correlated color 500
temp: 3000K temp: 3000K 5
450 750 wal
al
S~— | Soe\ Wall N 30°\ Wall Downlight 1000 /00| Wash
Downlight 500 Wash Downhght 1000 Wash Side Side
Side Side Side Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3" on center 3' from wall - 3' on center
O— 3 —O O— 3 —O O— 33—
1 12 " 12 1 17 14 17 1 1 23 19 23
2! 21 19 21 2' 29 26 29 2' 2 40 35 40
3 24 24 24 3 33 32 33 3 3 46 45 46
L 4 21 21 21 . 4 30 30 30 L 4 4 41 41 M
8 5 18 18 18 g & 25 24 25 s 5 5 34 34 34
£ 6 14 14 14 c 6 20 20 20 =R 6 27 27 27
g 7 12 12 12 g 7 16 16 16 g 7 7 22 2 2
g g 10 10 10 g g 14 13 14 g 8 8 19 19 19
g 9' 8 8 8 g 9' " " " g 9' 9 16 16 16
=0 7 7 7 =100 10 10 10 = 10 10 14 14 14
o v o
s 7 5 5 5 g 8 8 8 s N1 12 " " N
A 14 5 5 5 A 7 7 7 A 14 14 9 9 9
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Calculite LED 4" & /"

Cylinders

: \ '

w Color

temperature options Reflector finish options
) Color Reflector
How to Speofy temperature Code finish White flange Voltage
Beam Finish/Input 2700K 27K Comfort clear CCL U
Trim kit CCT (7" only) voltage 3000K 30K
C7L1SCW 27K M ccLy 3500K 35K
(also available 4000K 40K
in Black)
Trim/frame compatibility
Beam
Aperture Cylinder (7" only) Description Input voltage ~ Technology Wattage** Width Height
4" C4LO5CW 500 Lumen Surface Cylinder 1201277V Remote phosphor  See specification 5" 67/8"
4" C4L10CW 1000 Lumen Surface Cylinder 1207277V Remote phosphor  sheet 5" 67/8"
7" C7L15CW_ _ M 1500 Lumen Surface Cylinder-Medium Beam 120/277V Remote phosphor 81/2" 97/8"
7" C7L20CW_ _ _ ™M 2000 Lumen Surface Cylinder-Medium Beam 120/277V Remote phosphor 81/2" 97/8"
7" C7L15CW_ _ _ W 1500 Lumen Surface Cylinder-Wide Beam 1201277V Remote phosphor 81/2" 97/8"
7" C7L20CW___ W 2000 Lumen Surface Cylinder-Wide Beam  120/277V Remote phosphor 81/2" 97/8"

Length (bars) is 20" -30"

** As Calculite LED fixture efficiency is continuously improving, please see product specification sheet for updated, accurate performance data.

4", 1000 Lumen 7", 2000 Lumen medium beam 7", 2000 Lumen wide beam
Reflector trim: C4L10CW30KCCLW Reflector trim: C7L20CW30KMCCLW Reflector trim: C7L20CW30KWCCLW
Output lumens: 1034 Output lumens: 1998 Output lumens: 1978

Correlated color temp: 3000K Correlated color temp: 3000K Correlated color temp: 3000K

Angle Mean Lumens Angle Mean Lumens Angle Mean Lumens
CcP CP CP
0 577 200 0 2238 500 0 M7 60°
5 595 153 S 5 2298 218 0° 5 146 113 500
10 647 60 0 2257 0 1239
15 693 417 400 15 2201 619 1000 15 1358 388
20 692 20 2095 20 1470 1000
25 665 501 25 1792 776 25 1476 670
30 6 600 30 1068 1500 30 1357
35 529 205 35 487 330 35 1084 647 1500 30°
40 405 800 309 40 205 2000 30° 40 607
45 188 35 45 49 52 45 136 153
50 15 50 4 50 M
55 4 1 55 2 2 55 5 5
60 2 60 1 60 3
65 1 0 65 0 1 65 2 2
70 1 70 0 70 1
75 0 0 75 0 0 75 0 0
80 0 80 0 80 0
85 0 0 85 0 0 85 0 0
90 0 90 0 90 0

114 Philips Lightolier For complete specification information visit www.lightolier.com
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Remote phosphor technology: features & benefits

Key benefits

Maximum efficiency

Up to 60% of light that contacts phosphor, whether
it's remote-mounted or applied directly to the chip, is
back-reflected.

With Philips’ remote-mounted phosphor system this
back-reflected light can be utilized. Philips Lightolier
developed an optimized, highly reflective mixing
chamber which redirects this light, resulting in a 20%
increase in system efficiency.

Color consistency

¥
IR g\

Variation in color across products has historically been a
challenge for lighting products utilizing LED technology.
This is in large part due to the process variability in
applying phosphor directly to the LED diode.

Remote phosphor technology provides superior

color consistency across products, as the phosphor

is manufactured in large sheets, cut to shape, and
laminated to diffusion film. This process results in color
consistency £ 100k across products.

As-specified performance

Calculite's remote phosphor technology ensures that the
LED performance that's been specified will be available
at construction rollout.

The phosphor itself is developed and manufactured
exclusivey from the LED chip and can therefore be
modified as required to deliver the fixture performance
expected when the lighting specification is written. This
allows the product to change with technology gains,

yet provide the same below-ceiling performance as
specified.

Product features

Beam distributions

Comfort optics

Lumen maintenance

100%

70% +
0 10,000 hours

— CFL — LED

Flangeless option

90%
\\
80%

Designed specifically
around the LED source
Calculite Solid-State
delivers true 50°
physical and reflected
cutoff for reduced
aperture brightness and
an unobtrusive ceiling
presence.

Electronic low voltage (5%),
O-10V (10%) and Lutron dimming
options available depending on
luminaire selected. See LED-DIM
specification sheet for details.
Both Integral (EM suffix) and
low-wattage inverter (see LED-
DIM specification sheet) options
available for emergency backup.

Depreciating more
consistently over time as
compared to CFL, Calculite’s
LED downlight will provide at
least 50,000 hours rated life
at 70% lumen maintenance.

Flangeless option

After the frame-in kit is installed, the
flangeless ring is inserted into the ceiling
opening and the flange is plastered
over, feathered, sanded and finished.

A flangeless “"FT" trim is required.
Accessory ring CA_FMRLED
recommended for gypsum applications.

W

10.9:5 105" CY

Decorative accessories

Industry best warranty

yedar
warranty

Designed as a direct replacement
for CFL, Calculite Solid-State
offers medium and wide beam
spread options where possible.
Medium is an alternative to
vertically-oriented CFL (0.9

s.c.), wide is an alternative to
horizontal orientations (1.2 s.c.).

Calculite round aperture
downlights are compatible with
Vetro architectural decorative
accessories. A flangeless “FT"”
trim is required.

Philips Lightolier is emphasizing
confidence in our product

and a commitment to our
specifiers with an industry-
best 5 year warranty covering
all components. Conventional
equipment typically offers
separate warranties for the
lamp and the ballast.

Finishes Flanges

CL specular w White
clear P Polished

cCL c‘omfort FT Flangeless*
clear *available in

CCD comfort round only
clear diffuse

CCZ champagne
bronze

WH  White

Comprehensive lighting catalog 7th Edition 115
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CFL lighting

Calculite compact fluorescent downlights
provide a broad assortment of light
distributions in coordinated apertures,
nominally 4" x 4", 4" x 9", 9" x 9", 4", 6", 7"
and 8". Most use triple tube lamps, from
18W to 42V, for soft-edged, Energy Smart

illumination.



Contents

Rectilinear downlights
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Cylinders
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Matrix

Matrix provides complete design flexibility with a palette of symmetrical elements in three sizes, each with a

specific purpose and appearance.

The apertures are developed from a base module that is a 4 1/2" square with 55° visual and reflected cutoff. The 4 1/2" by 9" rectangle is
derived from 2 equal cells and the 9" by 9" square is a combination of 4 cells. Open downlights deliver high efficiency, excellent glare control
and wide spacing. Lensed downlights offer reduced lamp image and are UL listed for installation in wet locations. Lensed wall washers

provide smooth, even vertical illumination.

The combination of different aperture sizes and shapes can be used to accentuate interior architecture or create interesting patterns.
The two square sizes complement the rectangular aperture and provide solutions for inside or outside corners and the ending of rows.
The matrix system offers exciting new options for creating expressive, yet functional lighting plans. Matrix provides the lighting tools to

accentuate feature areas, differentiate circulation areas or light entire spaces.

|
! \\\ |

/

L_——
\

\\

4 4 x 9 rectangles provide
perimeter illumination or wall
washing. 9 x 9 squares produce

the general ambient illumination.

H

4 x 4 squares are used in the
4 X 9 corners to visually complete the
pattern.

Pathways and circulation areas
can also be emphasized by the
orientation of 4 x 9 rectangular

apertures. 4 x 4 squares are
9x9 P i

used at intersections. 9 x 9

squares accommodate areas

requiring higher light levels.

1.18 Philips Lightolier For complete specification information visit www.lightolier.com
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Smaller is better

Compact lamps and efficient fixtures provide options for achieving high light levels while reducing the size of the ceiling opening. You no
longer need to go to a 2' x 2' fluorescent product to provide adequate illumination and wide spacing. Matrix 9" x 9" square luminaires with
two 42W triple tube compact fluorescent lamps are comparable in output to traditional recessed 2' x 2" troffers. Triple tube lamps have the

added benefit of amalgam technology, which maintains lumen output over a wider range of operating temperatures.

- -
\!

\ ==

24" x 24" 9" x 9"

Two 40W Two 42W
Twin tube vs ° Triple tube
75 Watts 93 Watts
3680 Lumens 3980 Lumens

Matrix 4" x 9" open downlights, 4' on center 6" round downlights, 4' on center

Hallways and corridors

Matrix rectangular apertures are ideal for

lighting long narrow spaces such as hallways and
corridors. When installed parallel to the wall,
these luminaires provide wide spacing and a clean,
even beam pattern devoid of distracting scallops
produced by round aperture downlights.

Comprehensive lighting catalog 7th Edition 119
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44" x 44" aperture

Open downlight

Ceiling cutout:: 55" x 54"
Ceiling thickness: 14" Max.
How to specify

Standard dimming options* Reflector finish options

Trim e Frame-in kit 4x4132H [ | (add suffix in box)
x4 4X4132HU Reflector White Aperture -
Suffix Ballast Input voltage finish flange matching flange Flangeless
Ccus PowerSpec HDF 1207277V Specular clear CLw CLP N/A
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse CCbw CCDP N/A
Jumz7 Mark 7 1201277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products.
See product specification sheet for details.
Trim/frame compatibility
Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
4X4132HU Non-IC Electronic 120V1277V TRT 26/32W 10" 912" 53/4"
4X4132HUEM4E - Non-IC Emergency 120V/277V TRT 26/32W 10" " 53/4"

4" x 44" 26W Triple tube
Reflector trim: 4X4

v v

Report: 1763FR

Lamp: 26W Triple 175 \\
Initial lumens: 1,800 N
Efficiency: 54.5% -
Spacing: 11 X 14 350 \‘

525

N ~—
gt

700 30°

Multiple unit data (RCR 1)

Spacing Initial Watts
on center footcandles per sq ft
5 42 112
6 30 0.78
8' 17 0.44
10' " 0.28
12 7 0.19

75'x 75' x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances.

1.20  Philips Lightolier

4" x 44" 32W Triple tube
Reflector trim: 4X4

Report: 1710FR
Lamp: 32W Triple 125 \\
Initial lumens: 2,400 \
Efficiency: 54.7% ) 60°
Spacing: 1.1 X 1.5 250 |
1
[
375 |—=7
900 30°

Multiple unit data (RCR 1)

Spacing Initial Watts
on center footcandles per sq ft
5 57 144
6 39 1.00
8' 22 0.56
10' 14 0.36
12 10 0.25

75'x 75'x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances.

For complete specification information visit www.lightolier.com



442" x 44" aperture

Lensed downlight

Calculite — Professional — Downlighting

hd

0

0

;

Iy
0 0
J£ / L
Ceiling cutout:: 54" x 5 4"
Ceiling thickness: 14" Max.
Standard dimming options* Reflector finish options How to specify
axatnH | (add suffix in box) Trim kit Frame-in kit
Input Reflector White Aperture - AX4PL (prismatic) X4132HU
Suffix Ballast voltage finish flange matching flange  Flangeless 4X4LFL (light frost) 4X4132HU
Ccus PowerSpec HDF 1207277V Specular clear CLw CLP N/A
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse  CCDW CCDP N/A
Jumz Mark 7 1201277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products.
See product specification sheet for details.

Trim/frame compatibility
Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
AX4132HU Non-IC Electronic 120V/277V TRT 26/32W 10" 91/2" 53/4"

4" x 44" 26W Triple tube
Reflector trim: 4X4PL

4" x 44" 32W Triple tube
Reflector trim: 4X4PL

[

[

Report: 1764FR Report: 1909FR
Lamp: 26W Triple 125 \ Lamp: 32W Triple 200 \\
Initial lumens: 1,800 \ Initial lumens: 2,400 \
Efficiency: 474% \ 60° Efficiency: 44.0% \ 60°
Spacing: 1.0 X 1.2 250 \ Spacing: 1.0 X 1.2 400
)
375 / 600
/
7/
7
900 30° 800
Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft
5' 37 112 5' 46 144
6 26 0.78 6 32 1.00
8' 15 0.44 8' 18 0.56
10' 9 0.28 10' 12 0.36
12' 7 0.19 12' 8 0.25

75'x 75' x 10" room, workplane 2 /5"
above floor, 80/50/20% reflectances.

75'x 75' x 10" room, workplane 2 /5"
above floor, 80/50/20% reflectances.

Comprehensive lighting catalog 7th Edition  1.21
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How to specify

Open downlight

Ceiling cutout:: 55" x 97"
Ceiling thickness: 14" Max.

Standard dimming options*

AT P

45" x 9" aperture

Reflector finish options

Trim kit Frame-in kit axoaH ] (add suffix in box)
4X9142HU

9 Reflector Aperture
Suffix Ballast Input voltage finish White flange matching flange Flangeless
Ccu3 PowerSpec HDF 120/277V Specular clear CLW CLP N/A
J1LD3 Lutron 3% 120V Comfort clear CcCtw CCLP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse  CCDW CCDP N/A
JUM7 Mark 7 1207277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products.

See product specification sheet for details.

Trim/frame compatibility

Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height

4X9142HU Non-IC Electronic 120V/277V QT/TRT QT: 26W TRT: 32/492W  121/2" 91/2" 53/4"

4X9142HUEM Non-IC Emergency 120V/277V QT/TRT QT: 26W TRT: 32/42W 12 1/2" " 53/4"

4" x 9" 26W quad
Reflector trim: 4X9 m

D

Report: 1762FR
Lamp: 26W Quad 125
Initial lumens: 1,800
Efficiency: 55.5% 60°
Spacing: 1.5 X 1.3 250
\
375 )
500 30°

Multiple unit data (RCR 1)

Spacing Initial Watts
on center footcandles per sq ft
5 43 112
6 30 0.78
8' 17 0.44
10' " 0.28
12' 8 0.19

75'x 75" x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances.

1.22  Philips Lightolier

44" x 9" 32W Triple tube
Reflector trim: 4X9 m

DY

Report: 1761FR
Lamp: 32W Triple 200 N
Initial lumens: 2,400 4
Efficiency: 69.3% 60°
Spacing: 1.7 X 1.5 400 \
\
\
\
600 |
S
800 30°
Multiple unit data (RCR 1)
Spacing Initial Watts
on center footcandles per sq ft
5' 72 144
6 50 1.00
8' 28 0.56
10' 18 0.36
12' 13 0.25

75" x 75" x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances.

4" x 9" 42W Triple tube
Reflector trim: 4X9 m

DY

Report: 1760FR
Lamp: 42W Triple 250
Initial lumens: 3,200
Efficiency: 661% 60°
Spacing: 1.6 X 1.5 500
\
\
750
1000 30°

Multiple unit data (RCR 1)

Spacing Initial Watts
on center footcandles per sq ft
5 92 1.80
6 64 1.25
8' 36 0.70
10' 23 0.45
12' 16 0.31

75" x 75" x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances.

For complete specification information visit www.lightolier.com
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45" x 9" aperture

Lensed downlight

F:E:

Ceiling cutout:: 55" x 97"
Ceiling thickness: 14" Max.

Reflector finish options

How to specify

Standard dimming options*

Trim kit Frame-in kit

axot2H ]

(add suffix in box)

4X9PL (prismatic) 4X9142HU

Input Reflector White Aperture

Suffix Ballast voltage finish Flange matching flange Flangeless 4X9LFL (light frost)
Ccu3 PowerSpec HDF  120/277V Specular clear CLwW CLP N/A
JILD3 Lutron 3% 120V Comfort clear CCLW CCLpP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse  CCDW CCDP N/A
JUuM7 Mark 7 1207277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products.

See product specification sheet for details.
Trim/frame compatibility
Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
4X9142HU Non-IC Electronic 120V/277V QT/TRT  QT:26W TRT: 32/492W  121/2" 91/2" 53/4"
4X9142HUEM Non-IC Emergency 120V/277V QT/TRT  QT:26W TRT: 32/2W  121/2" 11" 53/4"

4" x 9" 26W quad
Reflector trim: 4X9PL

Report: 1624FR Report: 1617FR Report: 1610FR
. \ . ; . i
Lamp: 26W Quad 125 \ Lamp: 32W Triple 200 N Lamp: 42W Triple 250
Initial lumens: 1,800 \\ Initial lumens: 2,400 4 Initial lumens: 3200
Efficiency: 43.4% v Efficiency: 62.2% 60° Efficiency: 61.1% 60°
Spacing: 1.2 X 1.1 250 \\ Spacing: 1.3 X 1.1 400 \ Spacing: 1.2 X 11 500
\ 3 \
\ |
375 f 600 ] 750
U ~
/7 ~
500 30° 800 30° 1000 30°
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
5' 34 112 5' 65 144 5' 85 196
6 24 0.78 6 49 1.08 6 64 147
8' 13 0.44 8' 26 0.58 8' 34 0.78
10' 8 0.28 10' 14 0.31 10' 19 043
12! 6 0.19 12 " 0.23 12! 14 0.31

75'x 75' x 10" room, workplane 2 /2"
above floor, 80/50/20% reflectances

4" x 9" 32W Triple tube
Reflector trim: 4X9PL

75'x 75' x 10" room, workplane 2 2"
above floor, 80/50/20% reflectances

4" x 9" 42W Triple tube
Reflector trim: 4X9PL

ook

75'x 75" x 10" room, workplane 2 /2"
above floor, 80/50/20% reflectances
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Downlighting — Professional — Calculite

9" x 9" aperture

Open downlight

0 0
i 0
0 i
0 [

Ceiling cutout:: 97%" x 97"
Ceiling thickness: 14" Max.

How to specify Standard dimming options* Reflector finish options

Trim ke Frame-in kit ox9242H[ | (add suffix in box)

9X9 9X9242HU

Input Reflector White Aperture

Suffix Ballast voltage finish flange Matching Flange Flangeless
Ccu3 PowerSpec HDF 1201277V Specular clear CLwW CLP N/A
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLpP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse CCDW CCDP N/A
JUM7 Mark 7 1207277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V

* Some dimming options not available on all products.
See product specification sheet for details.

Trim/frame compatibility

Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
9X9242HU Non-IC Electronic 120V/277V QT/TRT  (2) 32/42W 12172" 14" 53/4"
9X9242HUEM Non-IC Emergency 120V/277V QT/TRT  (2) 32/42W 121/2" 15 374" 53/4"
9" x 9" 26W quad 9" x 9" 32W Triple tube 9" x 9" 42W Triple tube
Reflector trim: 9X9 m Reflector trim: 9X9 m Reflector trim: 9X9

N
©

8 Q 5
W[Z v 7 O/s WEZ V 7 OA W[/ \/ \V /

Report no.: 1775FR Report no.: 1776FR Report no.: 1777FR
Lamp: 26W Quad 250 Lamp: 32W Triple 375 Lamp: 42W Triple 500
Initial lumens: 3,600 \ 60° Initial lumens: 4,800 N, 60° Initial lumens: 6,400 { 60°
Efficiency: 48.6% \ Efficiency: 63.0% \ Efficiency: 60.1% \
i \ i A Spacing: 1.6 X 14 1000 3
Spacing: 1.4 X 1.3 500 \ Spacing: 1.6 X 1.4 750 \ pacing: 1. : \
\
\ \ 1
1 \ \
750 1125 \ 1500 )
So 1 ==
1000 30° 1500 S~os\30° 2000 30°
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center  footcandles persqft on center  footcandles per sq ft oncenter  footcandles per sq ft
5 76 2.24 5 131 276 5 166 3.64
6 53 1.56 6 91 192 6 116 2.53
8' 30 0.88 8' 51 1.08 8' 65 142
10" 19 0.56 10" 33 0.69 10° 42 091
12 13 0.39 12 23 048 12' 29 0.63
75' x 75' x 10" room, workplane 2 %' 75' x 75' x 10" room, workplane 2 %' 75'x 75" x 10" room, workplane 23!
above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.

1.24  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

9" x 9" aperture .

Lensed downlight y, mi
[ i
] I
Ceiling cutout:: 97" x 97"
Ceiling thickness: 14" Max.
Standard dimming options* Reflector finish options How to specify
ox9242H[ | (add suffix in box) Trim kit Frame-in kit
Input Reflector White Aperture 9XIPL (prismatic) 9X9242HU
Suffix Ballast voltage finish Flange Matching Flange Flangeless 9XILFL (light frost)
cus3 PowerSpec HDF 1207277V Specular clear CLW CLP N/A
JILD3 Lutron 3% 120V Comfort clear CCLW CCLP N/A
J2LD3 Lutron 3% 277V Comfort clear Ccbw  CCDhp N/A
Jum7 Mark 7 1201277V diffuse White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products.
See product specification sheet for details.
Trim/frame compatibility
Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
9X9242HU Non-IC Electronic 120V/7277V QT/TRT  (2) 26/32/42W 121/2" 14" 53/4"
9X9242HUEM Non-IC Emergency 120V/277V QT/TRT  (2) 26/32/42W 121/2" 15 3/4" 53/4"
9" x 9" 26W quad 9" x 9" 32W Triple tube 9" x 9" 42W Triple tube
Reflector trim: 9X9PL Reflector trim: 9X9PL Reflector trim: 9X9PL
B B r/ANY B
) o« ) o«
i S S S
] O O O
v v 9?771] V. A 9?771] V. A
Report no.: 1657FR Report no.: 1956FR Report no.: 1953FR
Lamp: 26W Quad 250 Lamp: 32W Triple 450 Lamp: 2W Triple 500
Initial lumens: 3,600 60 Initial lumens: 4,800 60° Initial lumens: 6,400 0
Efficiency: 47.1% \ Efficiency: 72.1% Efficiency: 68.7% 1000
Spacing: 1.1 X 1.0 500 b Spacing: 1.3 X 1.3 900 Spacing: 1.3 X 1.3
\J
| 1
750 I 1350 >0
] !
! /
. = 2000 4
1000 == 30 1800 30° == 30
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
8 73 2.24 5 150 276 5 189 3.64
6' 51 1.56 6' 104 192 6' 132 2.53
8' 29 0.88 8' 59 1.08 8' 74 142
10' 18 0.56 10' 37 0.69 10' 47 0.91
12' 13 0.39 12! 26 0.48 12! 33 0.63

75'x 75'x 10" room, workplane 2 2"
above floor, 80/50/20% reflectances.

75'x 75' x 10" room, workplane 2 2"
above floor, 80/50/20% reflectances.

75'x 75' x 10" room, workplane 2 /2'
above floor, 80/50/20% reflectances.
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Downlighting — Professional — Calculite

442" x 44" aperture

' S—
) J b Lensed wall washer

SE5eS
[ ey

/ | /1

Ceiling cutout:: 55" x 54"
Ceiling thickness: 14" Max.

How to specify Standard dimming options* Reflector finish options

Trim kic Frame-in kit axaH | (add suffix in box)

4X4LW 4X4132HU Input Reflector Aperture
Suffix Ballast voltage finish White flange matching flange  Flangeless
Ccu3 PowerSpec HDF  120/277V Specular clear CLlw CLP N/A
J1LD3 Lutron 3% 120V Comfort clear CCLwW CCLP N/A
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP N/A
JUuM7 Mark 7 120277V White WHW N/A N/A
JIMX Mark 10 120V
J2MX Mark 10 277V

* Some dimming options not available on all products.
See product specification sheet for details.

Trim/frame compatibility

Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
4X4132HU Non-IC Electronic 120V1277V TRT 26/32W 10" 912" 53/4"
45" x 44" 26W Triple tube 4" x 44" 32W Triple tube

Reflector trim: 4X4LW Reflector trim: 4X4LW

N\ s, N\ s,

Report: 1765FR
Lamp: 26W Triple
Initial lumens: 1,800
Efficiency: 40.8%

Report: 1981FR
Lamp: 32W Triple
Initial lumens: 2,400
Efficiency: 42.9%

Downlight T 200 Wall Downlight Wall
Side Wash Side Side Wash Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 4' on center 3' from wall - 4' on center
O— 4 —O O— 4 —O
" 1 7 4 7 ~ 1 10 6 10
8 2 " 8 i kol 2 16 12 16
£ 3 13 10 13 < 3 18 14 18
2 4 12 11 12 2 4 17 15 17
g 5 " 10 " 2 5 15 14 15
g 6 9 9 9 g 6 12 12 12
=7 7 7 7 = 7 10 10 10
g 8 6 6 6 g 8 9 8 9
z 9 5 5 5 z 9 7 7 7
a 10 5 4 5 a 10 6 6 6

1.26 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting
45" x 9" aperture
Lensed wall washer —
! ~

Ceiling cutout:: 55" x 97"
Ceiling thickness: 14" Max.

Standard dimming options* Reflector finish options How to specify

axotaH ] (add suffix in box) Trim kit Frame-in kit
Input Reflector Aperture oW AX9142HU

Suffix Ballast voltage finish White flange matching flange  Flangeless

Ccus PowerSpec HDF 120277V Specular clear CLw CLP N/A

J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP N/A

J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP N/A

Jum?7 Mark 7 120277V White WHW N/A N/A

JIMX Mark 10 120V

J2MX Mark 10 277V

* Some dimming options not available on all products.
See product specification sheet for details.

Trim/frame compatibility

Frame-in kits Type Ballast Input voltage Lamp Wattage-lamp Length Width Height
4X9142HU Non-IC Electronic 120V/277V QT/TRT  QT:26W TRT: 32/42W  121/2" 912" 53/4"
4X9142HUEM Non-IC Emergency 120V/277V QT/TRT  QT:26W TRT: 32/92W  121/2" " 53/4"
4" x 9" 32W Triple tube 4" x 9" 42W Triple tube
Reflector trim: 4X9LW Reflector trim: 4X9LW
o A A, o A A,
Report no.: 1891FR Report no.: 1876FR
Lamp: 32W Triple 55 60° Lamp: 2W Triple = 60°
Initial lumens: 2,400 Initial lumens: 3,200
Efficiency: 57.2% Efficiency: 50.3%
450 500
30° 30°
675 750
Downlight Wall Wash Downlight Wall Wash
Side \90?‘/ Side R 1000 e
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 4' on center 3' from wall - 4' on center
O—4—O O— 4 —O
” 1 12 9 12 " 1 14 10 14
8 2 19 17 19 8 2 22 19 22
€ 3 23 21 23 € 3 27 25 27
g 4 22 22 22 g 4 26 26 26
g 5 19 19 19 g 5 23 23 23
£ 6 16 16 16 £ 6 19 19 19
E 7 14 13 14 &7 16 16 16
g 8 17 17 17 g 8 13 13 13
g 9 10 10 10 g 9 M M M
a 10 8 8 8 a 10 10 10 10
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Downlighting — Professional — Calculite

4", 6", 7" & 8" aperture

Vertical open downlight

Standard dimming options*

se1328 |

(add suffix in

Reflector finish options

box)
. Input Reflector White  Aperture
How to SpeC”(y Suffix Ballast voltage finish flange matching flange  Flangeless
Trim ke Frame-in kit CU3  PowerSpec HDF 120277V Specular clear caw  crp cL
8021 [CLW] $6132BU ALD3  Lutron 3% 120V Comfort clear CCLW  CCLP ccL
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW  CCDP CCD
Jum7 Mark 7 120277V Champagne bronze cczw  cczp ccz
JIMX Mark 10 120V White WHW  N/A WH
2MX Mark 10 277V
* Some dimming options not available on all products. See product specification sheet for details.
Trim/frame compatibility
Frame-in  Ceiling
Aperture Trim kit kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
4" 8011 4118VU 5116" Non-IC Electronic 1207277V TRT 18W 20"- 30" 81/16" 81/8"
6" 8011 4118VUEM  51/16" Non-IC Emergency 120/277V TRT 18W 20" 30" 95/8" 81/8"
6" 8021 S6132BU 69/16" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 10" 97/8"
7" 8021..E S6132BUEM 6 9/16" Non-IC Emergency-integral switch ~ 120/277V TRT 26/32W 20" 30" 111/16" 97/8"
7" 8022 S7132BU 8" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 11 3/4" 11.1/8"
7" 8022...E S7132BUEM 8" Non-IC Emergency-integral switch ~ 120/277V TRT 26/32W 20" 30" 13 5/16" 111/8"
7" 8022 S7142BU 8" Non-IC Electronic 1207277V TRT 26/32/42W 20"- 30" 11 3/4" 11.1/8"
7" 8022...E S7142BUEM 8" Non-IC Emergency-integral switch ~ 120/277V TRT 26/32/142W 20" 30" 13 5/16" 111/8"
8" 8023 $8142BU 91/4" Non-IC Electronic 1207277V TRT 26/32/42W 20"- 30" 12172" 11 3/4"
8" 8023 S8142BUEM 9 1/4" Non-IC Emergency 120/277V TRT 26/32/142W 20" 30" 14 116" 11 3/4"
42" 18W Triple tube 6" 32W Triple tube 8" 42W Triple tube
Reflector trim: 8011 |CCLW Reflector trim: 8021 |CCLW Reflector trim: 8023 |CCLW
Lamp lumens: 1200 100 Lamp lumens: 2400 300 Lamp lumens: 3200 300
Efficiency: 42% 60° Efficiency: 52.7% 60° Efficiency: 63% 60°
Luminaire lumens: 507 Luminaire lumens: 1265 Luminaire lumens: 2019
Spacing ratio: 1.2 200 Spacing ratio: 1.1 600 Spacing ratio: 0.9 600
Cut-off: 50° Cut-off: 50° Cut-off: 50°
300 900 1200
400 30° 1200 30° 1500 30°
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
5' 23 0.76 5' 57 140 5' 65 140
6 16 0.53 6 39 0.97 6 45 1.00
7' 12 0.39 7' 22 0.55 8' 26 0.55
8' 9 0.29 8' 17 043 9' 20 043
9' 7 0.23 9' 14 0.35 10' 16 0.35

1.28

75'x 75" x 10" room, workplane 2 5"
above floor, 80/50/20% reflectances.

Philips Lightolier

75" x 75" x 10" room, workplane 2 5'
above floor, 80/50/20% reflectances.

75" x 75" x 10" room, workplane 2 5'
above floor, 80/50/20% reflectances.

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

6" & /" aperture

Horizontal open downlight (1 lamp)

@ l»

Standard dimming options* Reflector finish options
se1328U [ | (add suffix in box)
Input Reflector White Aperture How to Specify
Suffix Ballast voltage finish flange matching flange Flangeless Trim kit Frame-in kit
CU3 PowerSpec HDF 120/277V Specular clear CLW CLP CL 8031 S6132BU
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP CCD
Jum7 Mark 7 120/277V Champagne bronze cCczw cczp ccz
JIMX Mark 10 120V White WHW N/A WH
J2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In  Ceiling

Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
6" 8031 S6132BU 69/16" Non-IC Electronic 1201277V TRT 26/32W 20" 30" 10" 67/8"
6" 8031...E S6132BUEM 6 9/16" Non-IC Emergency-integral 1201277V TRT 26/32W 20" 30" 119/16" 67/8"
7" 8037 S7132BU 8" Non-IC Electronic 1201277V TRT 26/32W 20" 30" 11 3/8" 7 3/4"
7" 8037...E S7132BUEM 8" Non-IC Emergency-integral 1201277V TRT 26/32W 20" 30" 1215/16" 7 3/4"
7" 8037 S7142BU 8" Non-IC Electronic 1201277V TRT 26/32/42W 20" 30" 11 3/8" 7 3/4"
7" 8037...E S7142BUEM 8" Non-IC Emergency-integral 1201277V TRT 26/32/142W 20" 30" 1215/16" 7 3/4"
6" 26W Triple tube 6" 32W Triple tube 7" 42W Triple tube
Reflector trim: 8031 Reflector trim: 8031 Reflector trim: 8037

-CLW

Report no.: LRL796-1A Report no.: LRL796-1B Report No. LRL798-1F
Lamp lumens: 1800 100 Lamp lumens: 2400 200 Lamp lumens: 3200 300
Efficiency: 62% ¢0c Efficiency: 62% ¢0c  Efficiency: 65% 60°
Luminaire lumens: 1109 Luminaire lumens: 1493 Luminaire lumens: 2092
Spacing ratio: 14 200 Spacing ratio: 14 400 Spacing ratio: 14 600
Cut-off: 55° Cut-off: 55° Cut-off: 55°
300 600 900
400 30° 800 30° 1200 30°
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
5 46 1.24 5 63 0.76 5 88 1.68
6 33 0.86 6 44 0.53 6 61 117
8' 18 0.48 8' 24 0.39 8' 35 0.66
10' 12 0.31 10' 16 0.29 10' 22 0.42
12 8 0.21 12 1 0.23 12 15 0.29
75'x 75' x 10" room, workplane 2 /5" 75'x 75' x 10" room, workplane 2 /5" 75'x 75' x 10" room, workplane 2 /5"
above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.
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Downlighting — Professional

— Calculite

8" aperture

Horizontal open downlight (2 lamp)

Standard dimming options*

seaHU ]

(add suffix in box)

Reflector finish options

How to Specify Input Reflector White Aperture
Trim kit Frame-in kit Suffix Ballast voltage finish Flange matching flange Flangeless
8038 $8242HU Ccu3 PowerSpec  120/277V Specular clear CLw CLP CL
J1LD3 HDF 120V Comfort clear CCLw CCLp CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse CCDW  CCDP CCD
Jumz7 Lutron 3% 120/277V Champagne bronze cczw  CcCczp ccz
JIMX Mark 7 120V White WHW N/A WH
J2MX Mark 10 277V
Mark 10
* Some dimming options not available on all products. See product specification sheet for details.
Trim/frame compatibility
Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp  Wattage Length Width Height
8" 8038 (55° cutoff) S8242BU 91/4" Non-IC  Electronic 120/277V TRT (2) 26/32/42W 20" 30" 12 3/4" 8"
8" 8038...E S8242BUEM 9 1/4" Non-IC  Emergency-integral ~ 120/277V TRT (2) 26/32/42W  20"-30" 14 5/16" 8"
8" 8039 (50° cutoff) S8242BU 9 1/4" Non-IC  Electronic 120/277V TRT (2) 26/32/42wW 20" 30" 12 3/4" 9"
8" 8039...E S8242BUEM 91/4" Non-IC  Emergency-integral ~ 120/277V TRT (2) 26/32/492W 20" 30" 14 5/16" 9"
8" 32W Triple tube 8" 42W Triple tube 8" 42W Triple tube
Reflector trim: 8038 Reflector trim: 8038 Reflector trim: 8039
Report no.: ITL 44462 Report no.: [TL 44463 Report no.: 0172FR
Lamp lumens: 4800 700 Lamp lumens: 6400 700 Lamp lumens: 6400 700
Efficiency: 72% o Efficiency: 67% 60° Efficiency: 54% 60°
Luminaire lumens: 3479 Luminaire lumens: 4320 ) Luminaire lumens: 3470
Spacing ratio: 14 x 1.6 1400 % Spacing ratio: 1.4 x 1.7 1400 = Spacing ratio: 14 x 1.6 1400 7k
Cut-off: 55° Py Cut-off: 55° PP Cut-off: 50° P
/ Joea N | (L
2100 [z 2100 [Keeees 2100 [&eeze=
2800 30¢ 2800 30° 2800 30¢
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
6 106 177 6 131 2.64 6 107 2.64
7' 77 1.31 7' 97 1.94 7' 78 194
8' 59 1.00 8' 74 148 8' 60 148
10' 38 0.64 10' 48 0.95 10' 38 0.95
12' 27 0.44 12! 32 0.66 12' 27 0.66

75'x 75" x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances.

1.30  Philips Lightolier

75'x 75' x 10" room, workplane 2 /5"
above floor, 80/50/20% reflectances.

75" x 75" x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances.

For complete specification information visit www.lightolier.com



6" & /" aperture

Horizontal open downlight (2 lamp)

Standard dimming options*

63H [ ]

(add suffix in box)

Reflector finish options

Calculite — Professional — Downlighting

Input Reflector Aperture How to Specify
Suffix Ballast voltage finish White flange matching flange  Flangeless Trim kit Frame-in kit
Ccu3 PowerSpec HDF  120/277V Specular clear CLW CLP CL 8052 6213HU
JILD3 Lutron 3% 120V Comfort clear CCLw CCLpP CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP CCD
JuM7 Mark 7 1207277V Champagne bronze cczw cczp ccz
JIMX Mark 10 120V White WHW N/A WH
J2MX Mark 10 277V
* Some dimming options not available on all products.
See product specification sheet for details.
Trim/frame compatibility
Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
6" 8052 6213HU 69/16" Non-IC  Electronic 120/277V QT 2 13W 20"-30" 10" 6"
6" 8052 6213HUEM 69/16" Non-IC  Emergency 1207277V QT (2) 13W 20"-30" 10" 6"
6" 8051 6218HU 69/16" Non-IC  Electronic 120/277V QT (2) 18W 20"-30" 10" 6"
6" 8051 6218HUEM 69/16" Non-IC  Emergency 1207277V QT (2) 18W 20"-30" 10" 6"
7" 8056 7218HU 8" Non-IC  Electronic 120/277V QT (2) 18W 20"-30" 11 3/8" 67/8"
7" 8056...E 7218HUEM 8" Non-IC Emergency-integral 1201277V QT (2) 18W 20"- 30" 1215/16" 67/8"
7" 8056 S7226HU 8" Non-IC  Electronic 120/277V QT (2) 26 W 20"-30" 11 3/8" 67/8"
7" 8056...E S7226HUEM 8" Non-IC Emergency-integral 1201277V QT (2) 26 W 20"- 30" 1215/16" 67/8"
6" Aperture (2) 13W quad 6" Aperture (2) 18W quad tube 7" Aperture (2) 26W quad tube
Reflector trim: 8052 Reflector trim: 8051 Reflector trim: 8056
Report No. LS| 9474 Report No. 0053 FR N Report No. ITL 40604
Lamp lumens: 1800 200 Lamp lumens: 2500 250 N\ Lamp lumens: 3600 400
Efficiency: 54% 60°  Efficiency: 50% \ soc Efficiency: 56% 60°
Luminaire lumens: 930 Luminaire lumens: 1253 Q Luminaire lumens: 2018
Spacing ratio: 1.6 400 Spacing ratio: 1.3 x 1.6 500 ! Spacing ratio: 1.6 x 1.7 800
Cut-off: 55° Cut-off: 55° X Cut-off: 55°
7
600 750 Emeg~<= 1200
800 30° 1000 30° 1600 o
Multiple unit data Multiple unit data Multiple unit data
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
oncenter  footcandles  persqft oncenter  footcandles  per sqft oncenter  footcandles  persqft
5' 37 1.28 5 50 156 5 89 2.20
6 26 0.89 6 35 1.08 6 61 1.53
8' 15 0.50 g' 20 0.61 8' 34 0.86
10' 9 0.32 10' 15 048 10' 22 0.55
12! 6 0.22 12' 13 0.39 12 15 0.38
75'x75' x 10' room, workplane 2 /2" 75' x 75' x 10" room, workplane 2 /4" 75'x75' x 10" room, workplane 2 /2"
above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.
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Downlighting — Professional — Calculite

6" & /" aperture

Horizontal lensed downlight

Standard dimming options*

se1328] |

Reflector finish options
(add suffix in box)
How to specify

Input Reflector White Aperture
Trim kit Frame-in kit Suffix Ballast voltage finish Flange matching flange Flangeless
8091F S6132BU Ccu3 PowerSpec HDF  120/277V Fresnel Lens, Clea:r Cone FCLW FCLP N/A
J1LD3 Lutron 3% 120V Fresnel Lens, White Cone  FWHW  N/A N/A
J2LD3 Lutron 3% 277V Clear Lens, Clear Cone CCLW CCLP N/A
Jumz7 Mark 7 120/277V Clear Lens, White Cone CWHW  N/A N/A
JIMX Mark 10 120V Opal Lens, Clear Cone DCLW DCLP N/A
J2MX Mark 10 277V Opal Lens, White Cone DWHW  N/A N/A
Prismatic Lens, Clear Cone  PCLW PCLP N/A
Prismatic Lens, White Cone  PWHW  N/A N/A
* Some dimming options not available on all products.
See product specification sheet for details.
Trim/frame compatibility
Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp  Wattage Length Width Height
6" 8091 S6132BU 69/16" Non-IC  Electronic 1201277V TRT 26/32W 20"- 30" 10" 6"
S6132BUEM 696" Non-IC  Electronic 1207277V TRT 26/32W 20"-30" 119116" 6"
7" 8097 S7142BU 8" Non-IC  Electronic 1201277V TRT 26/32/42W 20" 30" 11 3/8" 61/2"
S7142BUEM 8" Non-IC  Electronic 1207277V TRT 26/32/92W 20" 30" 1215/16"  61/2"
7" 8096 S7218HU 8" Non-IC  Electronic 1201277V TRT (2) 18W 20"- 30" 11 3/8" 53/4"
7" 8096 S7226HU 8" Non-IC  Electronic 1207277V TRT (2) 26W 20" 30" 11 3/8" 53/4"
S7226HUEM 8" Non-IC  Electronic 120277V TRT (2) 26 W 20"- 30" 1215/16" 5 3/4"

6" Aperture 32W Triple tube
Reflector trim: 8091

7" Aperture 42W Triple tube
Reflector trim: 8097

7" Aperture (2) 26W Triple tube
Reflector trim: 8096 CCLW|

Report No.0075FR Report No. Report No.
Lamp lumens: 2400 250 ) Lamp lumens: 3200 350 \ Lamp lumens: 3600 300
Efficiency: 56% R ~ Efficiency: 47% K o Efficiency: 38% O
Luminaire lumens: 1229 - 60 Luminaire lumens: 953 Luminaire lumens: 1376
Spacing ratio: 1.2 500 E Spacing ratio: 0.8 700 : Spacing ratio: 1.3 600
H i
: J
750 ——2e%, 1050 ; 900
1000 30° 1400 30° 1200 30°
Multiple unit data (32W) Multiple unit data (42W) Multiple unit data
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
5' 54 140 5' 66 1.68 5 60 2.20
6 37 0.97 6 46 117 6 42 1.53
8' 21 0.56 8' 26 0.65 7' 24 0.86
10' 15 043 10' 21 0.52 8' 19 0.68
12 13 0.31 12 17 0.42 9' 15 0.55

75'x 75' x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances.
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75'x75' x 10" room, workplane 2 /%'
above floor, 80/50/20% reflectances.

75'x 75'x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances.
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Calculite — Professional — Downlighting

874" aperture N

Vandal resistant lensed downlights

Standard dimming options* Reflector finish options

No dimming options currently available

How to specify

Lens Aperture Trim ki F in ki
Reflector finish ~ White Flange matching flange Flangeless rim e rame-in Kie
Flush Opal Lens, VWH N/A N/A 8098V 8242HUV
White Cone
* Some dimming options not available on all products.
Trim/frame compatibility
Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
8" 8098VWH  8242HUV 10" Non-IC Electronic 1201277V TRT 26/32/42W  20"- 30" 14" 51/8"

87" Aperture (2) 32W Triple tube
Reflector trim: 8098VWH

p— —
—

Lamp lumens: 2400 200
Efficiency: 43% 60°
Luminaire lumens: 2066
Spacing ratio: 1.3 400

600

800 30°

Multiple unit data

Spacing Initial Watts
on center footcandles per sq ft
5 85 247
6 60 1.74
8' 35 1.01
10 22 .64
10' i 0.39

75'x 75" x 10" room, workplane 2 /2"
above floor, 80/50/20% reflectances.
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Downlighting — Professional — Calculite

6" & /" aperture

\ \ Cross blade louver downlight

Standard dimming options* Reflector finish options

How to specify se132B | (add suffix in box)

Trim kit Frame-in kit Input Lens Aperture

8091CB S6132BU Suffix Ballast voltage Reflector finish White flange matching flange Flangeless
Cus PowerSpec HDF 120/277V Clear Cone CBW N/A N/A
J1LD3 Lutron 3% 120V Aluminum Cone CBA N/A N/A
J2LD3 Lutron 3% 277V
JuMm7 Mark 7 1207277V
JIMX Mark 10 120V
J2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In  Ceiling

Aperture Trim kit Kits Cutout Type Ballast Input voltage Lamp Wattage Length Width Height

6" 8091CB S6132BU 69/16" Non-IC Electronic 1201277V TRT 26/32W 20"- 30" 10" 6"
S6132BUEM 6 9/16" Non-IC Emergency-integral 1207277V TRT 26/32W 20"- 30" 119/16" 6"

7" 8097CB S7132BU 8" Non-IC Electronic 1201277V TRT 26/32W 20"- 30" 11 3/8" 61/2"
S7132BUEM 8" Non-IC Emergency-integral 1207277V TRT 26/32W 20"- 30" 1215/16" 61/2"
S7142BU 8" Non-IC Electronic 1201277V TRT 26/32/42W 20"- 30" 11 3/8" 61/2"
S7T142BUEM 8" Non-IC Emergency-integral 1207277V TRT 26/32/492W 20"- 30" 121516 61/2"

7" 8096CB 7218HU 8" Non-IC Electronic 1201277V DTT (2) 18W 20"- 30" 11 3/8" 67/8"
S7226HU 8" Non-IC Electronic 1207277V DTT (2) 26W 20"- 30" 11 3/8" 67/8"

n N .
6" Aperture 32W Triple tube 7" Aperture 42W Triple tube
Reflector trim: 8091CB Reflector trim: 8097CB

Report No.0194 FR Report No.L 5112581
Lamp lumens: 2400 200 A Lamp lumens: 3200 250
Efficiency: 33% Efficiency: 30%
Luminaire lumens: 804 : 60° Luminaire lumens: 953 60°
Spacing ratio: 1.1 400 5 Spacing ratio: 0.8 500
Cut-off: 50° Cut-off: 50°
600 750
800 30° 1000 30°
Multiple unit data (42W) Multiple unit data (42W)
Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft
5' 31 1.40 5' 41 1.68
6' 21 097 6' 28 117
8' 12 0.56 7' 21 0.67
9' 9 043 8' 16 0.52
10 8 0.35 9' 13 042
75'x 75' x 10" room, workplane 2 /5' 75'x 75' x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.

1.34  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

/7" & 8" aperture

Parabolic louver downlight '
i
| —
1 SN 11
Standard dimming options* Reflector finish options How to specify
7218H |:| (add suffix in box) Trim kit Frame-in kit
8056TB| W 7218HU
Input Lens White Aperture
Suffix Ballast voltage Reflector finish Flange matching flange Flangeless
Ccu3 PowerSpec HDF  120/277V Turbo Louver, TBW N/A N/A
JILD3 Lutron 3% 120V White Cone
J2LD3 Lutron 3% 277V
JUM7 Mark 7 1207277V
JIMX Mark 10 120V
J2MX Mark 10 277V
* Some dimming options not available on all products. See product specification sheet for details.
Trim/frame compatibility
Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
7" 8056TB $7218HU 8" Non-IC Electronic 120/277V DTT (2) 18W 20"- 30" 11 3/8" 67/8"
7" 8056TB S7126HU 8" Non-IC Electronic 1207277V DTT 26W 20" 30" 11 3/8" 67/8"
7" 8056TB S7226HU 8" Non-IC Electronic 120/277V DTT (2) 26W 20"- 30" 11 3/8" 67/8"
7" 8037TB S7142BU 8" Non-IC Electronic 1207277V TTT 26/32/92W 20" 30" 11 3/8" 7 3/4"
8" 8038TB $8242HU 91/4" Non-IC Electronic 120/277V TTT (2) 26/32/42wW  20"- 30" 11 3/8" 8"
7" Aperture (2) 18W quad 7" Aperture (2) 26W quad tube
Reflector trim: 8056TB Reflector trim: 8056TB
Report No. LSC 6701 Report No. LSG 6477
Lamp lumens: 2500 250 Lamp lumens: 3600 250
Efficiency: 40% ¢o° Efficiency: 37% 60°
Luminaire lumens: 1007 Luminaire lumens: 1317
Spacing ratio: 1.4 500 Spacing ratio: 1.4 500
Cut-off: 50° Cut-off: 50°
750 750
1000 30° 1000 30°
Multiple unit data Multiple unit data
Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft
5' 45 1.56 5' 59 2.20
6' 31 1.08 6' Bl 1.53
8' 18 0.61 8' 23 0.86
9" 14 0.48 9" 18 0.68
10' " 0.39 10' 15 0.55
75'x 75' x 10" room, workplane 2 /5" 75'x 75' x 10" room, workplane 2 /5"
above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.
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Downlighting — Professional — Calculite

S /" & 8" aperture
Low profile parabolic louver downlight

I %

b

- ‘.‘i

How to specify Standard dimming options* Reflector finish options
Trim kit Frame-in kit

8067 | CLW 7213LPM120

No dimming options currently available

Lens Reflector Aperture
finish White flange matching flange Flangeless
Specular clear CLW CLP CL
Comfort clear CCLW CCLP CCL
Comfort clear diffuse ~ CCDW CCDP CCD
Champagne bronze cczw cczp ccz
White WHW N/A WH
* Some dimming options not available on all
products. See product specification sheet for details.
Trim/frame compatibility
Frame-In Ceiling

Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height

7" 8067 7213LPM120 8" Non-IC Electronic 120277V DTT (2) 13W 20"- 30" 10" 6"

7" 8067 7213LPM277 8" Non-IC Electronic 120277V DTT (2) 18W 20" 30" 10" 6"

8" 8068 8218LPU 91/4" Non-IC Electronic 120277V DTT (2) 18W 20" 30" 11 3/8" 67/8"

8" 8068 8226LPU 91/4" Non-IC Electronic 120/277V DTT (2) 26W 20" 30" 11 3/8" 67/8"

7" Aperture (2) 13W Twin tube 8" Aperture (2) 18W quad tube

Reflector trim: 8067 Reflector trim: 8068

7
Report No. 1162FH Lamp lumens: 2,320
Lamp lumens: 1,600 Efficiency: 44.5% 250
Efficiency: 46.4% 60° Spacing ratio: 1.1 60°
Spacing ratio: 1.2 & Cut-off: 50°
Cut-off: 50° 500
1
== | 750
4
30° 1000 30°
Multiple unit data Multiple unit data (18W)
Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft

5' 33 1.28 5 46 1.56

6' 23 0.89 6' 32 1.08

7' 17 0.65 7' 18 0.61

8' 13 0.50 8' 14 0.48

9' 10 0.40 9' 12 0.39

75'x 75" x 10" room, workplane 2 %' 75'x 75" x 10' room, workplane 2 %'

above floor, 80/50/20% reflectances. above floor, 80/50/20% reflectances.
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Calculite — Professional — Downlighting

4", 6" & /" aperture

Vertical open wall washer

~
©
(I
Standard dimming options* Reflector finish options
se1328 | (add suffix in box)
Input Reflector Aperture )
Suffix Ballast voltage finish White Flange matching flange Flangeless How to speofy
Ccu3 PowerSpec HDF  120/277V Specular clear CLW CLP CL Trim kit Frame-in kit
JILD3 Lutron 3% 120V Comfort clear CCLw CCLP CCL
21WW S6132BU

J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP CCD 80
JUM7 Mark 7 1207277V Champagne bronze cczw cczp ccz
JIMX Mark 10 120V White WHW N/A WH
J2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-in  Ceiling

Aperture Trim kit kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
4" 801MWW  4118VU 51/16" Non-IC Electronic 1201277V TRT 18W 20"- 30" 81/16" 8"

6" 8021TWW*  S6132BU 69/16" Non-IC Electronic 1201277V TRT 26/32W 20" 30" 10" 93/4"
7" 8022WW  S7132BU 8" Non-IC Electronic 1201277V TRT 26/32W 20"- 30" 113/8" 78
7" 8022WW*  S7142BU 8" Non-IC Electronic 1201277V TRT 26/32/42W 20" 30" 11 3/8" 2

*Corner (CW) and Double (DW) wall washers also available

472" 18W Triple tube 6" 32W Triple tube 7" 42W Triple tube
Reflector trim: 8011 Reflector trim: 8021 Reflector trim: 8022 [CCLW]

Lamp lumens: 1200
Cut-off: 50°

Lamp lumens: 2400
Cut-off: 50°

Lamp lumens: 3200
Cut-off: 50°

30°
\—/

Downlight 200 Wall Downlight 900 Wall Downlight Wall
Side Wash Side Side Wash Side Side Wash Side

Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall

3' from wall - 4' on center 3' from wall - 4' on center 3'from wall - 4' on center

O—t —O O— 4 —O O— 4 —O

-

g 1 n 7 12 g 1 0m 1 1 g 1. om 14 14
s 2 13 10 13 < 2 18 18 18 £ 2 22 22 22
® 3 13 14 13 ® 3 20 20 20 2 3 pAl 20 Pl
T 4 1 g g T 4 22 19 21 g 4 20 19 20
E 5 9 8 9 E 5 20 18 20 g 5 20 18 20
£ 6 7 7 7 E 6 17 16 17 s 6 18 17 18
g 7 5 5 5 g 7 15 13 14 g 7 16 16 16
g 8 4 4 4 g 8 12 1 12 g 8 14 14 14
a 9 3 4 3 o 9 11 10 10 o 9 13 12 13
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6" & /" aperture

Horizontal open wall washer (1 lamp)

©

Downlighting — Professional — Calculite

- Standard dimming options* Reflector finish options
$6132B [ | (add suffix in box)

. Input Reflector Aperture

How to SpeC|f>/ Suffix Ballast voltage finish White flange matching flange Flangeless

Trim kit Frame-in kit Ccu3 PowerSpec  120/277V Specular clear CLW CLP CL

8081 S6132BU J1LD3 HDF 120V Comfort clear CCLw CCLP CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP CCD
JuM7 Lutron 3% 120/277V Champagne bronze cczw cczp ccz
JIMX Mark 7 120V White WHW N/A WH
J2MX Mark 10 277V

Mark 10
* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In  Ceiling

Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
6" 8081 S6132BU 69/16" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 10" 65/8"
S6132BUEM 6 9/16" Non-IC Emergency-integral 1201277V TRT 26/32W 20"- 30" 119/116" 65/8"
7" 8087 S7132BU 8" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 11 3/8" 7 3/4"
S7132BUEM 8" Non-IC Emergency-integral 1201277V TRT 26/32W 20"- 30" 12 15/16" 7 3/4"
S7142BU 8" Non-IC Electronic 1207277V TRT 26/32/142W 20"- 30" 11 3/8" 7 3/4"
S7142BUEM 8" Non-IC Emergency-integral 1201277V TRT 26/32/42W 20"- 30" 12 15/16" 7 3/4"
6" Aperture 26W Triple tube 6" Aperture 32W Triple tube 7" Aperture 42W quad tube
Reflector trim: 8081 |CCLW Reflector trim: 8081 |CCLW Reflector trim: 8087
Lamp lumens: 1800 Lamp lumens: 2400 60° Lamp lumens: 3600
Cut-off: 55 500\ )60 Cut-off: 55 I~ Cut-off: 55
400, 400
600 600 3
3O° k
800 Wall Wall
Downlight T Wall Downlight 800 — W:sh Downlight - Wash
Side Wash Side Side Side Side Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center 3' from wall - 3' on center
O—3—O O— 3 —O O— 3 —O
g 1 6 15 16 3 1 e 15 16 g 1 1 14 16
< 2 25 24 25 c 2 25 24 25 s 2 30 30 30
g 3 27 29 17 ® 3 27 29 17 2 3 27 29 27
T 4 25 26 25 T 4 25 26 25 T 4 24 26 24
5 5 21 22 21 g 5 21 22 21 £ 5 22 23 22
E 6 18 18 18 £ 18 18 18 £ 6 19 20 19
g 7 15 15 15 g 7 15 15 15 g 7 16 16 16
£ 8 13 13 13 g 8 13 13 13 £ 8 13 13 13
o 9 " " " a 9 11 " 1" e 9 1" " "
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Calculite — Professional — Downlighting

6" & /" aperture

Horizontal open wall washer (2 lamp)

Standard dimming options* Reflector finish options
6213H |:| (add suffix in box)
Input Lens Reflector Aperture H t if
Suffix Ballast voltage finish White flange matching flange Flangeless Ow 1o specity
Cu3 PowerSpec HDF 120/277V Specular clear CLwW CLP CL Trim kit Frame-in kit
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP CCL 8082 6213HU
J2LD3 Lutron 3% 277V Comfort clear diffuse ~ CCDW CCDP CCD
JUuM7 Mark 7 120277V Champagne bronze cczw cczp ccz
JIMX Mark 10 120V White WHW N/A WH
J2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In Ceiling

Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height

6" 8082 6213HU 69/16" Non-IC  Electronic 1207277V DTT (2) 13W 20"- 30" 10" 6"
6213HUEM 6 9/16" Non-IC  Emergency 1201277V DTT (2) 13W 20" 30" 1115/16" 6"

6" 8084 6218HU 69/16" Non-IC  Electronic 1207277V DTT (2) 18W 20"- 30" 10" 6"
6218HUEM 6 9/16" Non-IC  Emergency 1201277V DTT (2) 18W 20"- 30" 1115/16" 6"

7" 8086 7218HU 8" Non-IC  Electronic 1207277V DTT (2) 18W 20"- 30" 113/8" 67/8"
7218HUEM 8" Non-IC  Emergency 1201277V DTT (2) 18W 20" 30" 1115/16" 67/8"

7" 8086 S7226HU 8" Non-IC  Electronic 1207277V DTT (2) 26W 20"- 30" 113/8" 67/8"
S7226HUEM 8" Non-IC  Emergency 1201277V DTT (2) 26 W 20" 30" 11 15/16" 67/8"

6" Aperture (2) 13W quad tube 6" Aperture (2) 18W quad tube

Reflector trim: 8082 Reflector trim: 8084

—

Lamp lumens: 1800 Lamp lumens: 2500
Cut-off: 55° 60° Cut-off: 55°
100
200
300 30°
Downlight \—/ Wall | Wall
Side 400 Wash Side Downlight Wash
Side Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center
O— 3 —O O— 3 —O
g 5 4 5 g 8 6 8
e 2 i 12 i c 2 13 10 13
2 3 13 14 13 g 3 13 10 13
T 4 12 14 12 T 4 " 8 i
g 5 " 12 1" g 5 9 8 9
= 6 9 10 9 & 6 8 7 8
g 7 7 8 7 g 7 7 6 7
Z 8 6 6 6 g 8 6 5 6
[a) 9 5 5 5 a 9 5 4 5
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Downlighting — Professional — Calculite

6" & /" aperture

Horizontal lensed wall washer

oy - — __¥ . I —

How to specify Standard dimming options* Reflector finish options

Trim kit Frame-in kit se1328U0 | (add suffix in box)

8046 S61328U Input Reflector White Aperture
Suffix Ballast voltage finish Flange matching flange Flangeless
Ccu3 PowerSpec HDF  120/277V Specular clear CLw CLP CL
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse CCbw  CCDP CCcb
Jum7 Mark 7 1201277V Champagne bronze CcCzwW cczp ccz
JIMX Mark 10 120V White WHW N/A WH
2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In  Ceiling

Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp Wattage Length Width Height
6" 8046 S6132BU 69/16" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 10" 63/4"
S6132BUEM 6 9/16" Non-IC Emergency-integral 1201277V TRT 26/32W 20"- 30" 119/16" 6 3/4"
7" 8047 S7132BU 8" Non-IC Electronic 1207277V TRT 26/32W 20"- 30" 11 3/8" 7 3/8"
S7132BUEM 8 Non-IC Emergency-integral 1201277V TRT 26/32W 20"- 30" 12 15/16" 73/8"
S7142BU 8" Non-IC Electronic 1207277V TRT 26/32/492W 20"- 30" 11 3/8" 7 3/8"
S7142BUEM 8 Non-IC Emergency-integral 1201277V TRT 26/32/42W 20"- 30" 12 15/16" 73/8"
6" Aperture 32W Triple tube 7" Aperture 42W Triple tube
Reflector trim: 8046 |CcCLW Reflector trim: 8047 [CCLW
Lamp lumens: 2400 Lamp lumens: 3200
150 200 60
300 400
450 600 30°
Wall Wall
Downl\ght 500 Wash Downhght 800, Wash
Side Side Side Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center
O— 3 —O O— 3 —O
g 9 8 9 g 1 ) 16
< 2 19 18 19 < 2 34 32 34
g 3 22 21 22 g 3 36 37 36
° 4 19 19 19 g 4 31 31 31
€ 5 16 16 16 g 5 25 26 25
£ 6 13 13 13 £ 6 » 21 21
g 7 1 1 17 g 7 17 17 17
£ 8 9 9 9 g 8 15 15 15
o 9 8 8 8 o 9 13 13 13

140  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

/" aperture

Horizontal lensed wall washer

1
| H #)
== = = .
<A»
Standard dimming options* Reflector finish options How to specify
7218H | (add suffix in box) Trim kit Frame-in kit
044 7218HU
Input Lens White Aperture 8
Suffix Ballast voltage Reflector finish Flange matching flange Flangeless
Cu3 PowerSpec HDF  120/277V Specular clear CLlw CLP CL
J1LD3 Lutron 3% 120V Comfort clear CCLW CCLP CCL
J2LD3 Lutron 3% 277V Comfort clear diffuse CCbw  CCDP CCD
JUM7 Mark 7 1207277V Champagne bronze cczw - cczp ccz
JIMX Mark 10 120V White WHW N/A WH
J2MX Mark 10 277V

* Some dimming options not available on all products. See product specification sheet for details.

Trim/frame compatibility

Frame-In Ceiling
Aperture Trim kit Kits cutout Type Ballast Input voltage Lamp  Wattage Length Width Height
7" 8044 7218HU 8" Non-IC Electronic 1207277V DTT (2) 18W 20"- 30" 11 3/8" 63/4"
7218HUEM 8" Non-IC Emergency 1201277V DTT (2) 18W 20" 30" 1115/16" 6 3/4"
7" 8044 S7226HU 8" Non-IC Electronic 1207277V DTT (2) 26W 20"- 30" 113/8" 63/4"
S7226HUEM 8" Non-IC Emergency 1201277V DTT (2) 26 W 20" 30" 1115/16" 6 3/4"

7" Aperture (2) 26W quad tube

Reflector trim: 8044

Report No. LSC 6701

Lamp lumens: 3600 60°

30°
Wall
Wash
Side

Downlight
Side

Multiple units Footcandles on wall

3' from wall - 3' on center

O3 —O

g 1 n 1 12
e 2 26 26 26
2 3 30 30 30
T 4 26 27 26
E 5 21 22 21
E 6 17 17 17
g 7 14 14 14
T 8 12 12 12
o 9 1 i i

Comprehensive lighting catalog 7th Edition 141



Downlighting — Professional — Calculite

— 6" /" & 8" aperture

Surface cylinder and drum

P F s Standard dimming options® Reflector finish options
&‘/’/ Consult specification sheet for available options
) Lens White Flange
How to specify Reflector finish
oyli ) Comfort clear CLw
ylinder (complete unit) Comfort clear diffuse CCLw
CS6132vU Champagne bronze CCDW
CCzw
WHW

* Some reflector/cylinder finish options not available on all products.
See product specification sheet for details.

Trim/frame compatibility

Aperture Cylinder Description Ballast Input voltage Lamp Wattage Width Height
6" CS6132Vv 6" Ceiling mount  Electronic 1201277V TTT 26/32W 61/2" 10 1/4"
7" CS7142v 7" Ceilingmount  Electronic 1207277V TTT 26/32/42W 77/8" 121/8"
8" CS8142H 8" Ceiling mount  Electronic 1201277V TTT 26/32/42W 7 112"
8" CS8242H 8" Ceiling mount  Electronic 120/277V TTT (2) 26/32/42W 7 112"
8" CS8226H 8" Ceiling mount  Electronic 1207277V DTT (2) 26W 7 112"
8" CS8218LP 8" Ceilingmount  Electronic 120/277V DTT (2) 18W 131/2" 53/8"
8" CS8226LP 8" Ceiling mount  Electronic 120/277V DTT (2) 26W 131/2" 53/8"
6" Aperture (1) 32W quad tube 7" Aperture (2) 18W quad tube
Reflector trim: CS6132V Reflector trim: CS7142V
Lamp lumens: 2400 Lamp lumens: 3200
Watts: 26/26 36/36 300 Watts:36/36 47/47 300
Efficiency: 52.7% c«0c Efficiency: 59% 60°
Luminaire lumens: 1265 Luminaire lumens: 1908
Spacing ratio: 1.1 600 Spacing ratio: 0.9 600
Cut-off: 50° Cut-off: 50°
900 1200
1200 30° 1500 30°
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center
O—3—O O—3—O
g 8 6 8 g 1 14 16
s 2 13 10 13 s 2 30 30 30
g’ 3 13 10 13 g’ 3 27 29 27
T 4 " 8 " T 4 24 26 24
£ 5 9 8 9 £ 5 22 23 22
E 6 7 =6 19 20 19
g 7 7 6 7 g 7 16 16 16
g 8 6 5 6 g 8 13 13 13
o 9 5 4 5 o 9 " 1 "
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Downlighting — Professional

HID lighting

Calculite Ceramic Metal Halide (CMH)
downlights provide outstanding color
rendering and high luminous efficiency.
Using specially designed optics, the
downlights offer a broad assortment of
light distributions in 4", 4x4", 6", 7", 9"

and 12" apertures.
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Professional — Downlighting
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Downlighting — Professional — Calculite

How to specify

Trim kit Frame-in kit
C4X4MRD C4X4[20|MREU

Wattage-lamp
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height
C4X420MREU  Non-IC  Electronic 120V/277V. CMH MR16 20 (23) 20" - 30" 9 %"
C4X439MREU  Non-IC  Electronic 120V/277V. CMH MR16 39 (44) 20" - 30" 97"

442" x 44" aperture

CMH MR16 open downlight

Ceiling cutout:: 54" x 54"
Ceiling thickness: 2" Max.

74"
715

Reflector finish White Flange Polished flange

CLw CLP
CCDW CCDP

Specular clear
Comfort clear diffuse

415" x 414" 20W CMH MR16 25°
Reflector trim: C4X4MRD

Report: 3415FR
Lamp: 20W CMH 750
MR16 25°
GX10 Base 60°
Initial lumens: 1,000 1500
Efficiency: 95.8%
Spacing: 0.5
2250
3000 30°
Multiple unit data (RCR 1)
Spacing Initial Watts
on center footcandles per sq ft
4 54 1.63
5' 38 113
6 24 0.72

75'x 75' x 10" room, workplane 2 /5!
above floor, 80/50/20% reflectances.

1.46  Philips Lightolier

415" x 45" 200 CMH MR16 40°
Reflector trim: C4X4MRD

Report: 3414FR
Lamp: 20W CMH
MR16 40° 500
GX10 Base 60°
Initial lumens: 1,000
Efficiency: 94.6% 1000
Spacing: 0.7
1500
30°
Multiple unit data (RCR 1)
Spacing Initial Watts
on center footcandles per sq ft
4 53 1.63
5' 37 113
6 24 0.72

75'x 75' x 10" room, workplane 2 /5'
above floor, 80/50/20% reflectances.

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

442" x 44" aperture

CMH MR16 lensed wall washer

Ceiling cutout:: 5" x 5 /4"

Ceiling thickness: 2" Max. How to specify

Trim kit Frame-in kit

C4X4MRL C4X4[20]MREU

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C4X420MREU  Non-IC Electronic 120v/277V. CMH MR16 20 (23) 20" - 30" 9w TA" Specular clear CLW CLP
C4X439MREU  Non-IC Electronic 120V/277V. CMH MR16 39 (44) 20" - 30" 9n" TN Comfort clear diffuse CCDW CCDP

45" x 44" 20W CMH MR16 40°
Reflector trim: CAX4MRL [CLW]

Report: 3413FR
Lamp: 20W CMH
MR16 40°
GX10 Base
Initial lumens: 1,000
Efficiency: 40.00%

00
Downlight \% Wall
Side Wash Side

Multiple units Footcandles on wall

2' from Wall - 2' On Center
Oo—2—O

L1 23 22 23
$ 2 26 25 26
c 3 21 20 21
g 4 15 15 15
T s 1 1 1
£ 6 8 8 8
[e]

E 7 7 6 7
g 8 5 5 5
g 9 4 4 4
a 10 4 4 4
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Downlighting — Professional — Calculite

442" x 44" aperture

CMH MR16 adjustable accent

Ceiling cutout:: 54" x 54"
Ceiling thickness: 2" Max.

How to specify

Trim kit Frame-in kit

C4X4MRA C4X4[20]MREU

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C4X420MREU  Non-IC Electronic 120V/277V  CMHMRI16 20 (23) 20-30" 9% Tn Specular clear cw cLp
C4X439MREU  Non-IC  Electronic 120V/277V. CMH MR16 39 (44) 20" - 30" 9% TN Comfort clear diffuse CCDwW CCDP

42" x 442" 20W CMH MR16 12° 42" x 442" 20W CMH MR16 25° 42" x 42" 20W CMH MR16 40°
Reflector trim: CAX4MRA[CLW] Reflector trim: CAX4MRA[CLW] Reflector trim: CAX4MRA[CLW]

Report: 3420FR Report: 3419FR Report: 3417FR
Lamp: 20W CMH 1500 Lamp: 20W CMH 650 Lamp: 20W CMH
MR16 12° S MR16 25° S MR16 40° 500 O
GX10 Base 60 GX10 Base 60 GX10 Base
Initial lumens: 1,000 3000 Initial lumens: 1,000 1300 Initial lumens: 1,000
Efficiency: 88.2% Efficiency: 71.2% Efficiency: 85.4%
1000
4500 1950
6000 30° 2600 30° 1500 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CF L W D CFC L W D CF L W D CFC L W D CF L W D CFC L W
6 35106 1.7' 15" 2" 3.5 184 1.7' 0.8' 6 3.5 47 3.6 31" 2" 35 81 42' 18 6 3.5 26 44 37" 2" 35 45 55 21
8" 4.6 60 2319 3" 52" 82 26 13 8' 4.6 26 48" 41 3" 52" 36 62' 27 8" 46 15 59' 50" 3" 52" 20 82' 32
10' 5.8' 38 2.8' 24" 4 69" 46 35 17 10" 5.8' 17 6.0' 51" 4" 69" 20 83' 3.5 10" 5.8' 9 73" 62" 4 69" 11 109'4.3'
12" 69" 27 34" 29" 5 87" 29 43" 21 12" 69" 12 72" 61° 5° 87" 13 104" 44 12" 69" 7 88 74 5 87" 7 13754
14' 81" 20 39' 34" 6 104' 20 52' 25 14' 81" 9 84' 72" 6 104 9 12553 14' 81" 5 10.2'87' 6 104" 5 164 64

1.48 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

442" x 44" aperture

CMH MR16 lensed adjustable accent

Ceiling cutout:: 54" x 54"
Ceiling thickness: 2" Max.

How to specify

Trim kit Frame-in kit
C4X4MRW C4X4[20]MREU

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C4X420MREU  Non-IC Electronic 120v/277V. CMH MR16 20 (23) 20" - 30" 9w TA" Specular clear CLW CLP
C4X439MREU  Non-IC  Electronic 120V/277V CMH MR16 39 (44) 20" - 30" 9n" TN Comfort clear diffuse CCbw CCDP

45" x4 4" 20W CMH MR16 12°
Reflector trim: CAX4MRW [CLW]

45" x 445" 20W CMH MR16 25°
Reflector trim: CAX4MRW [CLW]

4" x 44" 200 CMH MR16 40°

Reflector trim: CAX4MRW [CLW]

Report: 3421FR
Lamp: 20W CMH
MR16 12°

Report: 3418FR
Lamp: 20W CMH
MR16 25°

500

Report: 3416FR
Lamp: 20W CMH
MR16 40°

GX10 Base 607
Initial lumens: 1,000 600
Efficiency: 69.6%

GX10 Base 60°
Initial lumens: 1,000 1000
Efficiency: 63.2%

GX10 Base 60°
Initial lumens: 1,000 1200
Efficiency: 78.4%

1800 1500 900

2400 30° 2000 30° 1200 30°

30° Aiming angle 30° Aiming angle

Vertical surface

30° Aiming angle
Horizontal surface

30° Aiming angle
Vertical surface

30° Aiming angle
Horizontal surface

30° Aiming angle

Horizontal surface Vertical surface

D CFK L W D CTFC L W D CFK L W D CTFC L W D CFK L W D CTFC L W
6 35 47 1715 2" 35 81 17' 08 6 35 35 3127 2° 35 60 35 1.6 6 35 22 44 37 2' 35 38 55 21
8" 4.6 26 2319 3" 52" 36 26 13" 8" 46 19 42' 36 3" 52" 27 5323 8" 46 12 59'50" 3" 52" 17 82 3.2
10" 5.8' 17 2.8' 24" 4 69" 20 35 1.7 10" 5.8' 12 52' 45 4 69" 15 70" 31 10" 58" 8 73" 62" 4 69" 9 109'43"
12" 69" 12 34" 29" 5 87 13 43" 27 12" 69" 9 6354 5 87 10 88" 39' 12" 69" 5 88 74 5 87 6 13754
14" 81" 9 39' 34 6 104" 9 52' 25 14" 81" 6 73" 63 6 104" 7 10547 14" 81" 4 102'87" 6 104" 4 164 64
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Downlighting — Professional — Calculite

A‘-‘ ™

How to specify

45" aperture

CMH MR16 downlight

=

i

Ceiling cutout:: 5/i¢" Dia.
Ceiling thickness: 15" Max.

Trim kit Frame-in kit
C4MRD C4[20]MREU
Wattage-lamp
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V ~ CMH MR16 20 (23) 20" - 30" 9%"  TVe" Specular clear CLW CLP
C439MREU Non-IC Electronic 120V/277V ~ CMH MR16 39 (44) 20" - 30" 9%" 76" Comfort clear diffuse CCDW CCDP
45" 20W CMH MR16 12° SP 42" 20W CMH MR16 25° FL 42" 20W CMH MR16 40° WFL
Reflector trim: C4MRD Reflector trim: C4MRD Reflector trim: C4MRD
Report: 3405FR Report: 3392FR Report: 3391FR
Lamp: 20W CMH 1750 Lamp: 20W CMH 750 Lamp: 20W CMH 500
MR16 12° MR16 25° S MR16 40° o
GX10 Base 60° GX10 Base 1500 & GX10 Base 1000
Initial lumens: 1,000 3500 Initial lumens: 1,000 Initial lumens: 1,000
Efficiency: 91.2% Efficiency: 92.5% Efficiency: 92.7%
Spacing: 0.3 Spacing: 04 2250 Spacing: 0.6 1500
5250
3000 2000
7000 307 30° 30°
Single unit Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles diameter lighted plane foot-candles diameter lighted plane foot-candles diameter
8' 106 2.5' 6' 91 2.5' 6' 62 4
10' 68 3 8' 51 3.2 8' 35 5'
12 47 3.5 10' 33 4 10' 22 6'

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

1.50  Philips Lightolier

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

CMH MR16 open adjustable accent

c‘_! )»

Kl
Ceiling cutout:: 5" Dia. )
Ceiling thickness: 1 /4" Max. How to specify
Trim kit Frame-in kit
C4MRA C4[20]MREU
Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V CMH MR16 20 (23) 20" - 30" 9%"  Te" Specular clear CLW CLP
C439MREU Non-IC  Electronic 120v/277V.~ CMH MR16 39 (44) 20" - 30" 9%"  TUe" Comfort clear diffuse CCDW CCDP
4" 20W CMH MR16 12° SP 44" 20W CMH MR16 25° FL 4" 20W CMH MR16 40° WFL
Reflector trim: C4MRA Reflector trim: C4MRA Reflector trim: C4MRA

Report: 3403FR Report: 3394FR Report: 3386FR
Lamp: 20W CMH Lamp: 20W CMH 625 Lamp: 20W CMH
MR1612° Gx10 2250 MR16 25° MR16 40° 500
BASE 60 GX10 BASE 60 GX10 BASE 60°
4500 1250
1000
6750 1875 '
1500
9000 307 00 30° 300
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK L W D CFC L W D CFK L W D CFC L W D CFK L W D CFC L W
6 3.5 158 1.7" 1.5 2" 35274 17" 0.8 6 3.5 48 3.6 31 2" 35 84 42' 18 6 3.5 28 61' 50 2" 35" 48 97' 29’
8' 4.6 89 2319 3" 52'122 2.6 1.3 8' 4.6 27 48' 41 3" 52" 37 62' 27" 8' 4.6 16 81 67" 3" 52' 21 14544
10" 5.8' 57 2.8' 24" 4" 69" 69 35 1.7 10" 5.8' 17 6.0" 51" 4" 69" 21 83" 3.5 10" 5.8' 10 10.2' 8.4 4" 69" 12 19.3'5.8'
12" 69' 40 34' 29" 5 87 44 43 21 120 69" 12 72" 61" 5 87" 13 104' 44 12' 69 7 122101 5 87" 8 242'73'
14" 81" 29 39' 34 6 104' 30 52' 2.5 14 81" 9 84" 7.2 6 104" 9 12553 14 81" 5 142'11.8" 6 104" 5 29.0'8.7'
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Downlighting — Professional — Calculite

45" aperture

CMH MR16 pinhole adjustable accent

) Ceiling cutout:: 5" Dia.
How to specify Ceiling thickness: 14" Max.

Trim kit Frame-in kit

C4MR2 [CCLW] C4[20]MREU

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V ~ CMH MR16 20 (23) 20" - 30" 9%"  TVe" Specular clear CLW CLP
C439MREU Non-IC  Electronic 120V/277V~ CMH MR16 39 (44) 20" - 30" 9%"  T7ie" Comfort clear diffuse CCcbw CCDP
4" 20W CMH MR16 12° SP 4" 20W CMH MR16 25° FL 4" 20W CMH MR16 35° WFL
Reflector trim: C4MR2|CCLW Reflector trim: C4MR2|CCLW Reflector trim: C4MR2|CCLW

Report: 3401FR Report: 3395FR Report: 3386FR
Lamp: 20W CMH 2000 Lamp: 20W CMH 500 Lamp: 20W CMH
MR16 12° MR16 25° MR16 40° 500 >
GX10 Base 60 GX10 Base 1000 607 GX10 Base
4000
1500
1000
6000 2000
8000 30° 2500 30° 1500 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D C FC L W D CFFC L W D C FC L W D CFFC L W D C FC L W D CFFC L W
6 35152 17" 15" 2" 3.5 263 1.7' 0.8 6 35 45 3.6 31" 2" 35 77 42'18' 6 3.5 24 52' 44 2" 35 42 72' 2.5
8" 46" 85 23" 19" 3" 52" 117 2.6 1.3 8" 4.6' 25 48" 41 3" 52" 34 62' 27" 8" 46" 14 70' 5.8 3" 52" 19 10.8'3.8'
10' 5.8' 55 2.8' 24" 4" 69" 66 3.5 1.7 10' 5.8' 16 6.0' 51" 4" 69" 19 83" 3.5 10' 5.8 9 87'73 4 69" 11 144' 5.0
12' 69' 38 34' 29’ 5 87" 42 43" 21" 12" 69" 11 72" 61" 5 87" 12 104" 44 12" 69' 6 104'8.7 5 87" 7 18.0'6.3'
14' 81" 28 39' 34 6 104" 29 52' 25 14' 81" 8 84' 72 6 104" 9 12.5'53' 14' 81" 4 12.2'102" 6 104" 5 21.6' 7.6'

1.52 Philips Lightolier For complete specification information visit www.lightolier.com



45" aperture

CMH MR16 pinhole adjustable accent

Ceiling cutout:: 5" Dia.
Ceiling thickness: 15" Max.

Wattage-lamp

WS\

Calculite — Professional — Downlighting

How to specify

Trim kit Frame-in kit
C4MRP [BK] C4[20]MREU

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V CMH MR16 20 (23) 20" - 30" 9%"  Te" Specular clear CLW CLP
C439MREU Non-IC  Electronic 120v/277V.~ CMH MR16 39 (44) 20" - 30" 9%"  TUe" Comfort clear diffuse CCDW CCDP
4" 20W CMH MR16 12° SP 42" 20W CMH MR16 20° FL 4" 20W CMH MR16 30° WFL
Reflector trim: C4MRP Reflector trim: C4MRP Reflector trim: C4MRP
Report: 3400FR Report: 3397FR Report: 3387FR
Lamp: 20W CMH 1250 Lamp: 20W CMH Lamp: 20W CMH 200
MR16 12° S MR16 25° 500 60° MR16 40°
GX10 Base 60 GX10 Base GX10 Base 60°
2500 400
1000
3750 600
5000 1500
30° 30° 800 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK L W D CFC L W D CFK L W D CFC L W D CFK L W D CFC L W
6 35101 17" 1.5° 2" 35175 17" 0.8' 6 3.5 29 29' 24" 2" 35 51 31" 14 6 3.5 15 44" 37" 2" 35 25 55 21
8" 46 57 2319 3" 52" 78 26 13 8' 4.6 16 3.8' 33" 3" 52' 22 4721 8 46 8 59'50° 3 52" 11 82 32
10" 5.8' 36 2.8' 24" 4" 69' 44 35 17 10" 58" 11 4.8' 41" 4" 69' 13 6.2' 28 10" 58' 5 73" 62" 4" 69" 6 109'43'
12' 69" 25 34' 29" 5 87' 28 43271 12" 69" 7 57'49" 5 87 8 78 35 12' 69" 4 88 74" 5 87 4 13.7'54
14' 81" 19 39' 34" 6 104" 19 52' 2.5 14' 81" 5 67'57" 6 104" 6 93" 42 14' 81" 3 102'87" 6 104" 3 164' 64
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Downlighting — Professional — Calculite

45" aperture

CMH MR16 lensed wall wash

Kl
) Ceiling cutout:: 5" Dia.
How to specify Ceiling thickness: 14" Max.
Trim kit Frame-in kit
C4MRL [CCLW C4[20|MREU
Wattage-lamp
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V ~ CMH MR16 20 (23) 20" - 30" 9%"  TVe" Specular clear CLW CLP
C439MREU Non-IC  Electronic 120V/277V~ CMH MR16 39 (44) 20" - 30" 9%"  T7ie" Comfort clear diffuse CCcbw CCDP

42" 20W CMH MR16 40° FL
Reflector trim: C4MRL[CCLW]

Report: 175
Lamp: 20W CMH o
MR16 40°
GX10 Base
350
525
30°
700 [—
Multiple units Footcandles on wall
2' from Wall - 2' On Center
O— 22—
L1 9 8 9
S 2 18 17 18
QL
c 3 23 23 23
g’ 4 21 22 21
g 5 18 18 18
g 6 14 15 14
E 7 " " "
g 8 9 9 9
g 9 8 8 8
a 10 6 6 6

1.54 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

CMH MR16 lensed adjustable accent

‘4 B >

Kol
Ceiling cutout:: 5" Dia. )
Ceiling thickness: 1 /4" Max. How to specify
Trim kit Frame-in kit
C4MRW [CCLW C4[20|MREU
Wattage-lamp
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V CMH MR16 20 (23) 20" - 30" 9%"  Te" Specular clear CLW CLP
C439MREU Non-IC Electronic 120V/277V ~ CMH MR16 39 (44) 20" - 30" 9%"  TVe" Comfort clear diffuse CCbw CCDP
45" 20W CMH MR16 12° SP 42" 20W CMH MR16 25° FL 45" 20W CMH MR16 40° WFL
Reflector trim: C4AMRW [CCLW Reflector trim: C4AMRW [CCLW Reflector trim: C4AMRW [CCLW
Report: 3404FR Report: 3393FR Report: 3390FR
MBCP: 7489 cd 1750 MBCP: 2375 cd 500 MBCP: 1366 cd
Beam angle: 12° Beam angle: 25° Beam angle: 40° 500
60° 60° 60°
3500 1200
1000
5250 1800
7000 30° 2400 30° 1500 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK LW D CTFFC L W D CFK LW D CTFF L W D CFKC L W D CTFFC L W
6 3.5'135 17" 15 2" 35 23417 08 6 3.5 43 3.6 31 2' 35 74 42' 18 6 3.5 25 61' 50" 2" 35 43 97" 29
8' 46 76 2319 3" 52'104 2.6 1.3 8' 4.6 24 48' 41" 3" 52' 33 62' 27" 8' 46 14 81 67" 3" 52" 19 14544
10" 5.8' 49 28' 24" 4" 69' 59 3.5 17 10" 58' 15 60" 51 4" 69' 19 83" 3.5 10" 58' 9 10.2'84" 4" 69' 11 19.3'58'
12" 69" 34 34' 29" 5 87 37 43" 21 12" 69" 11 72" 61" 50 87" 12 104 44 12" 69" 6 12.2'101" 5 87" 7 242'73
14' 81" 25 39' 34" 6 104' 26 52' 2.5 14' 81" 8 84" 72" 6 104" 8 12.5'53' 14' 81" 5 14.2'11.8'" 6 104" 5 29.0'87

Comprehensive lighting catalog 7th Edition 1.55



Downlighting —

How to specify
Trim kit

C4MRGD

Frame-in kits Type Ballast

C420MREU
C439MREU

Frame-in kit

C4[20]MREU

Professional — Calculite

Input voltage Lamp

CMH MR16
CMH MR16

Non-IC Electronic 120V/277V
Non-IC Electronic 120V/277V

45" aperture

CMH MR16 Glasslite downlight

Ceiling cutout:: 5/i¢" Dia.
Ceiling thickness: 14" Max.

Wattage-lamp

(luminaire) Length (bars) Width Height Reflector finish
20 (23) 20" - 30" 9%"  TVe" Specular clear
39 (44) 20" - 30" 9%"  T7ie" Comfort clear diffuse

’S

White Flange Polished flange

CLw
CCDW

CLP
CCDP

4" 20W CMH MR16 12° SP

Glass Trim: C4MRGD

Report: 3399FR

Lamp: 20W CMH 1750
MR16 12°
GX10 Base €0
Initial lumens: 1,000 3500
Efficiency: 87.7%
Spacing: 0.2
pacing 5250
7000 30°
Single unit
Height to Initial center beam Beam
lighted plane foot-candles diameter
8' 112 1.6'
10' 72
12 50 24

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

1.56  Philips Lightolier

4" 20W CMH MR16 25° FL

Glass Trim: C4MRGD

4" 20W CMH MR16 40° WFL

Glass Trim: C4MRGD

Report: 3398FR Report: 3389FR
Lamp: 20W CMH 600 Lamp: 20W CMH 300
MR16 25° MR16 40°
GX10 Base €0 GX10 Base 60
Initial lumens: 1,000 1200 Initial lumens: 1,000 60
Efficiency: 76.7% Efficiency: 66.4%
Spacing: 0.5 Spacing: 0.6 900
1800
2400 30° 1200 20
Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles diameter lighted plane foot-candles diameter
6' 66 3 6' 35 3.6'
8' 37 4 8' " 4.8'
10' 24 5' 10' 12 6'

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

For complete specification information visit www.lightolier.com

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.



45" aperture

CMH MR16 Glasslite adjustable accent

Ceiling cutout:: 5 /i¢" Dia.
Ceiling thickness: 15" Max.

Wattage-lamp

LIS

Calculite — Professional — Downlighting

How to specify

Trim kit Frame-in kit
C4MRGA C4[20]MREU

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Height Reflector finish White Flange Polished flange
C420MREU Non-IC Electronic 120V/277V CMH MR16 20 (23) 20" - 30" 776" Specular clear CLW CLP
C439MREU Non-IC  Electronic 120v/277V.~ CMH MR16 39 (44) 20" - 30" 776" Comfort clear diffuse CCDW CCDP
4" 20W CMH MR16 12° SP 45" 20W CMH MR16 25° FL 42" 20W CMH MR16 35° WEFL
Glass Trim: C4MRGA Glass Trim: C4MRGA Glass Trim: C4MRGA
Report: 3399FR Report: 3398FR Report: 3389FR
Lamp: 20W CMH 1750 Lamp: 20W CMH 500 Lamp: 20W CMH
MR16 12° MR16 25° > MR16 40° 00
50° 60 5 60°
GX10 Base GX10 Base GX10 Base
3500 1000
5250 1500 1000
2000
7000
30° 30° 1500 30
Single unit Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles diameter lighted plane foot-candles diameter lighted plane foot-candles diameter
8' 112 1.6' 6 66 3' 6 35 3.6
10' 72 2' 8' 37 8' " 4.8'
12' 50 24' 10' 24 5' 10' 12 6

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.

Beam diameter defined as point at which
foot-candles drop to 50% of maximum.
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45" aperture

T4.5 metal halide downlight

Ceiling cutout:: 54" Dia.

How to specify

Trim kit Frame-in kit
CAT4VN C4[20] T4EU
Wattage-lamp
Frame-in kits Type Ballast Input voltage  Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C420T4EU Non-IC  Electronic  120V/277V T4-G8.5 20 (23) 20" - 30" 9¥ie" Specular clear CLW CLP
C420T4GU65EU Non-IC  Electronic  120V/277V T4-GU6.5 20 (23) 20" - 30" 9 %" Comfort clear diffuse CChbw CCDP
C420BT5PGJ5E1 Non-IC  Electronic 120V T4-PGJ5 22 (25) 20" - 30" 9 %"
C439T4E1 Non-IC  Electronic 120V T4-G8.5 39 (44) 20" - 30" 9%¢"
C439T4E2 Non-IC  Electronic 277V T4-G8.5 39 (44) 20" - 30" 976"
C439T4GU65EU Non-IC  Electronic ~ 120V/277V T4-GU6.5 39 (44) 20" - 30" 9%¢"
C470T4E1* Non-IC  Electronic 120V T4-G8.5 70 (78) 20" - 30" 976"
C470T4E2* Non-IC  Electronic 277V T4-G8.5 70 (78) 20" - 30" 9%¢"
* See specification sheet for marked spacing requirements.
45" T4.5 narrow beam 39W 45" T4.5 medium beam 39W 45" T4.5 wide beam 39W
Reflector trim: C4T4VN Reflector trim: C4T4VM Reflector trim: C4T4VYW
70" 75" 70"
Report: 2400FR Report: 2321FR Report: 2317FR
Lamp: 39W T4.5 875 Lamp: 39W T4.5 625 Lamp: 39W T4.5 375
Ceramic MH ~ Ceramic MH S Ceramic MH S
Efficiency: 57.2% 60 Efficiency: 62.4% 60 Efficiency: 64.5% 750 &0
Spacing: 0.6 1750 Spacing: 0.8 1250 Spacing: 1.1
1125
2625 1875 1500
3500 30° 2500 30° 1875 30°
Single unit Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Height to Initial center beam Beam Spacing Initial Watts Spacing Initial Watts
lighted plane foot-candles diameter on center footcandles Per Sq Ft on center footcandles Per Sq Ft
4 162 3 6 62 1.22' 6 61 1.22'
6' 72 4 8' 35 0.69' 8' 35 0.69'
8' 41 5' 9' 28 0.54' 9' 27 0.54'
10' 26 6' 10' 22 0.44"' 10' 22 0.44"'
' 19 0.36' ' 18 0.36'

Beam diameter defined as point at which

foot-candles drop to 50% of maximum.

38' x 38'x 10" room, workplane 275"
above floor, 80/50/20% reflectances

38' x 38'x 10" room, workplane 275"
above floor, 80/50/20% reflectances

Comprehensive lighting catalog 7th Edition
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How to specify

Trim kit Frame-in kit

C6P30MH C6[39]MHET

6" aperture

PAR metal halide downlight

S
I

Ceiling cutout:: 6%¢" Dia.

Wattage-lamp

Frame-in kits Type Ballast Input voltage  Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C639MHE1 Non-IC  Electronic 120V PAR20 39 (44) 20" - 30" 107" Specular clear CLW CLP
C639MHE2 Non-IC  Electronic 277V PAR20 39 (44) 20" - 30" 107" Comfort clear diffuse CCDW CCDP
C639MHU Non-IC  Magnetic 1201277V PAR20 39 (56) 20" - 30" 18%"

C670MHE1 Non-IC  Electronic 120V PAR30/38 70 (78) 20" - 30" 107"

C670MHE2 Non-IC  Electronic 277V PAR30/38 70 (78) 20" - 30" 107"

C670MHU Non-IC  Magnetic 120/277V PAR30/38 70 (94) 20" - 30" 18%"

C610MHE1 Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 107"

C610MHE2 Non-IC  Electronic 277V PAR38 100 (110) 20" - 30" 107"

C610MHU Non-IC  Magnetic 1201277V PAR38 100 (125) 20" - 30" 18%"

6" PAR30 flood 70W
Reflector trim: C6P30MH

10%"
Report: 2463FR
Lamp: 70W PAR30FL 550
Ceramic MH S
Efficiency: 92.6% €0
Spacing: 0.6 5000
7500
10000 30°
Multiple unit data (RCR 2)
Spacing Initial Watts
on center footcandles Per Sq Ft
6 136 217"
8' 77 122
9' 60 0.96'

38' x 38' x 10" room, workplane 2 /4"
above floor, 80/50/20% reflectances

1.60  Philips Lightolier

6" PAR38 flood 100W 6" PAR38 Wide flood 100W
Reflector trim: C6P38MH Reflector trim: C6P38MH
2 2
Report: 2455FR Report: 2456FR
Lamp: 100W .PAR38 FL ¢s00 Lamp: 100W .PAR38 WEFL 1875
Ceramic MH Ceramic MH
Efficiency: 819% 60° Efficiency: 73.7% 60
Spacing: 0.4 13000 Spacing: 0.8 3750
19500 5625
26000 30° 7500 30°
Single unit Multiple unit data (RCR 2)
Heightto  Initial center beam Beam Spacing Initial Watts**
lighted plane foot-candles diameter on center footcandles Per Sq Ft
14' 107 6' 6' 149 3.06'
16’ 82 7' 8' 84 1.72'
18' 65 8' 9' 66 1.36'
Beam diameter defined as point at which 38'x 38' x 10" room, workplane 2 /4"
foot-candles drop to 50% of maximum above floor, 80/50/20% reflectances

**Based on electronic ballast input watts.

For complete specification information visit www.lightolier.com
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6" aperture

T6 metal halide downlight

How to specify

Ceiling cutout:: 6%¢" Dia.

Trim kit Frame-in kit
C6T6VN C6[39]T6E1
Wattage-lamp
Frame-in kits Type Ballast Input voltage  Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C639T6E1 Non-IC  Electronic 120V T6 39 (44) 20" - 30" 107" Specular clear CLW CLP
C639T6E2 Non-IC  Electronic 277V T6 39 (44) 20" - 30" 107" Comfort clear diffuse CCbw CCDpP
C670T6EN Non-IC  Electronic 120V T6 70 (78) 20" - 30" 107"
C670T6E2 Non-IC  Electronic 277V Té6 70 (78) 20" - 30" 107"
C615T6ET* Non-IC  Electronic 120V T6 150 (167) 20" - 30" 107"
C615T6E2* Non-IC  Electronic 277V Té 150 (167) 20" - 30" 107"
Ce615T6U* Non-IC  Magnetic 120/277V T6 150 (180) 20" - 30" 18%"
* See specification sheet for marked spacing requirements.
6" T6 narrow beam 70W 6" T6 medium beam 70W 6" T6 wide beam 70W
Reflector trim: C6T6VN Reflector trim: C6T6VM Reflector trim: C6T6VW

Report: 2334FR 1750 Report: 2335FR 1000 Report: 2323FR 625
Lamp: 70W Té ~ Lamp: 70W Té o Lamp: 70W Té S
Ceramic MH 60 Ceramic MH Ceramic MH 60
Efficiency: 62.7% 3500 Efficiency: 62.8% 2000 Efficiency: 60.5% 1250
Spacing: 0.6 Spacing: 0.9 Spacing: 1.2
3000 1875
5250
2500
7000 30° oo 30° ' 30°
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts** Spacing Initial Watts Spacing Initial Watts**
on center footcandles Per Sq Ft on center footcandles Per Sq Ft on center footcandles Per Sq Ft
6' 123 247" 6' 121 247" 6 116 247"
8' 69 122 8' 68 1.22' 8' 65 1.22'
9' 55 0.9¢' 9' 54 0.9¢' 9' 51 0.9¢'
38' x 38'x 10" room, workplane 2 /5" 38' x 38'x 10" room, workplane 2 /5" 10: 42 0'78:
above floor, 80/50/20% reflectances above floor, 80/50/20% reflectances " 34 0.64

**Based on electronic ballast input watts. 38'x 38' x 10" room, workplane 2 %5'

above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.
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How to specify

6" aperture

ED17/E17 metal halide downlight

Ceiling cutout:: 6%¢" Dia.

Trim kit Frame-in kit
C6E170VM C6[70]MHOET
Wattage-lamp
Frame-in kits ~ Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C670MHOET  Non-IC  Electronic 120V ED17 (Open-rated) 70 (78) 20" - 30" 107" Specular clear CLW CLP
C670MHOE2  Non-IC  Electronic 277V ED17 (Open-rated) 70 (78) 20" - 30" 1074" Comfort clear diffuse CCbw CCDP
C670MHU Non-IC  Magnetic ~ 120/277V ED17 (Open-rated) 70 (94) 20" - 30" 187"
C610MHOET  Non-IC  Electronic 120V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C610MHOE2  Non-IC  Electronic 277V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C6110MHU Non-IC  Magnetic ~ 120/277V ED17 (Open-rated) 100 (125) 20" - 30" 18%"
6" ED17 Medium beam 70W 6" ED17 Wide beam 70W 6" ED17 Wide beam 70W
Reflector trim: C6E170VM [CLW] Reflector trim: C6E170VW Reflector trim: C6ET7OHW [CLW]
934" 110"
64"
Report: 2368FR Report: 2540FR Report: 2380FR
Lamp: 70W ED17 875 Lamp: 70W ED17 CMH ¢35 Lamp: 70W ED17 CMH 455
Open Rated ~ Open Rated o Open Rated o
Ceramic MH €0 Ceramic MH Ceramic MH
Efficiency: 50.7% 1750 Efficiency: 54.6% 1250 Efficiency: 57.3% 1250
Spacing: 0.8 Spacing: 1.0 Spacing: 1.2
N - b \/
3500 30° 2500 30° 2500 30°
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts** Spacing Initial Watts** Spacing Initial Watts**
on center footcandles Per Sq Ft on center footcandles Per Sq Ft on center footcandles Per Sq Ft
6 86 217 6 90 217" 6 95 217
8' 48 122 8' 51 122 8' 53 122
9' 38 0.9¢' 9' 40 0.9¢' 9' 42 0.9¢'
38' x 38' x 10" room, workplane 2/2' 10 3 o078 10 34 078
' 28 0.64'

above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

1.62  Philips Lightolier

38' x 38' x 10" room, workplane 275"
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

38' x 38' x 10" room, workplane 2/2'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

For complete specification information visit www.lightolier.com



/" aperture

PAR 38 metal halide downlight

Calculite — Professional — Downlighting

Frame-in kits Type Ballast

C770MHE1 Non-IC  Electronic
C770MHE2 Non-IC  Electronic
C770MHU Non-IC  Magnetic
C710MHE1T* Non-IC  Electronic
C710MHE2* Non-IC  Electronic
C710MHU Non-IC  Magnetic
C715MHET* Non-IC  Electronic
C715MHE2* Non-IC  Electronic

Ceiling cutout:: 8" Dia.

Wattage-lamp

Input voltage Lamp (luminaire) Length (bars) Width

120V PAR38 70 (78) 20" - 30" 107"
277V PAR38 70 (78) 20" - 30" 107"
120277V PAR38 70 (94) 20" - 30" 18%"
120V PAR38 100 (110) 20" - 30" 107"
277V PAR38 100 (110) 20" - 30" 107"
1201277V PAR38 100 (125) 20" - 30" 18%"
120V PAR38 150 (167) 20" - 30" 107"
277V PAR38 150 (167) 20" - 30" 107"

* See specification sheet for marked spacing requirements.

How to specify

Trim kit Frame-in kit

C7P38MH C7[70|MHE1

Reflector finish White Flange Polished flange
Specular clear CLW CLP
Comfort clear diffuse CCDW CCDP

7" Flood 100W
Reflector trim: C7P38MH [CLW]

17"

Report: 2421FR
Lamp: 100W 7500
PAR38 FL
Ceramic MH €0
Efficiency: 93.8% 15000
Spacing: 0.4
22500
30000 30°

Multiple unit data (RCR 2)

Spacing Initial Watts**
on center footcandles Per Sq Ft
6' 195 3.06
8' 109 172
9 86 1.36

38' x 38' x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

7" Wide flood 100W
Reflector trim: C7P38MH [CLW]

Report: 2422FR
Lamp: 100W 2000
PAR38 WFL S
Ceramic MH €0
Efficiency: 84.1% 4000
Spacing: 0.8
6000
8000 30°
Multiple unit data (RCR 2)
Spacing Initial Watts**
on center footcandles Per Sq Ft
6' 170 3.06
8' 96 172
9' 76 1.36

38' x 38' x 10" room, workplane 2 %'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.
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=il /" aperture

ED17/E17 metal halide downlight

How to specify

Ceiling cutout:: 8" Dia.

Trim kit Frame-in kit
C7E170VM C7[70|MHOE1
Wattage-lamp
Frame-in kits ~ Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C770MHOET  Non-IC  Electronic 120V ED17 (Open-rated) 70 (78) 20" - 30" 107" Specular clear CLlw CLP
C770MHOE2  Non-IC  Electronic 277V ED17 (Open-rated) 70 (78) 20" - 30" 107" Comfort clear diffuse CCbw CCDP
C770MHOU  Non-IC  Magnetic  120/277V ED17 (Open-rated) 70 (94) 20" - 30" 18%"
C710MHOET*  Non-IC  Electronic 120V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C710MHOE2* Non-IC  Electronic 277V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C710MHOU  Non-IC  Magnetic ~ 120/277V ED17 (Open-rated) 100 (125) 20" - 30" 187"
C715MHOET*  Non-IC  Electronic 120V ED17 (Open-rated) 150 (167) 20" - 30" 107"
C715MHOE2*  Non-IC  Electronic 277V ED17 (Open-rated) 150 (167) 20" - 30" 107"
* See specification sheet for marked spacing requirements.
7" ED17 Medium beam 100W 7" ED17 Wide beam 100W 7" ED17 Wide beam 100W
Reflector trim: C7E170VM Reflector trim: C7E170VW Reflector trim: C7E170HW
97" M%"
8"
Report: 2396FR Report: 2374FR Report: 2267FR
Lamp: 100W ED17 1500 Lamp: 100W ED17 875 Lamp: 100W ED17 1250
Ceramic MH Ceramic MH Ceramic MH
Open Rated 60° Open Rated 60° Open Rated 60°
Efficiency: 61.3% 3000 Efficiency: 58.6% 1750 Efficiency: 62.20% 2500
Spacing: 0.8 Spacing: 1.1 Spacing: 1.0
4500 2625 3750
6000 300 3500 30° 5000 30°
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts** Spacing Initial Watts** Spacing Initial Watts**
on center footcandles Per Sq Ft on center footcandles Per Sq Ft on center footcandles Per Sq Ft
6 153 3.25' 6 144 3.25' 6 153 3.06'
8' 86 1.83' 8' 81 1.83' 8' 86 172
9' 68 144" 9' 64 144" 9' 68 1.36'
38' x 38' x 10" room, workplane 25" 10 52 117 10 55 110°
' 43 0.97' ' 46 091

above floor, 80/50/20% reflectances
*#Based on electronic ballast input watts.

1.64  Philips Lightolier

38' x 38' x 10" room, workplane 25"
above floor, 80/50/20% reflectances
*#Based on electronic ballast input watts.

For complete specification information visit www.lightolier.com

38' x 38' x 10" room, workplane 25"
above floor, 80/50/20% reflectances
*#Based on electronic ballast input watts.
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/" aperture (=

ED17/BD17 metal halide downlight

How to specify

Ceiling cutout:: 8" Dia.

Trim kit Frame-in kit

C7E17VM[CLW] C7[70]MHET

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Reflector finish White Flange Polished flange
C770MHE1 Non-IC  Electronic 120V ED17 (Enclosed-rated) 70 (78) 20" - 30" 107" Specular clear CLw CLP
C770MHE2  Non-IC Electronic 277V ED17 (Enclosed-rated) 70 (78) 20" - 30" 107" Comfort clear diffuse CCDW CCDP
C770MHU Non-IC Magnetic  120/277V ED17 (Enclosed-rated) 70 (94) 20" - 30" 187"

C710MHET*  Non-IC Electronic 120V ED17 (Enclosed-rated) 100 (110) 20" - 30" 107"

C710MHE2*  Non-IC Electronic 277V ED17 (Enclosed-rated) 100 (110) 20" - 30" 107"

C710MHU Non-IC Magnetic  120/277V ED17 (Enclosed-rated) 100 (125) 20"—30" 18%"

* See specification sheet for marked spacing requirements.

7" ED17 Wide beam 100W 7" ED17 Medium beam 100W 7" ED17 Wide beam 100W
Reflector trim: C7E17HW Reflector trim: C7E17VM Reflector trim: C7E17VW
9%" 1M%"
84"
Report: 2267FR Report: 2519FR Report: 2509FR
Lamp: 100W ED17 1250 Lamp: 100W ED17 2000 Lamp: 100W ED17 1125
Ceramic MH Ceramic MH Ceramic MH
Open Rated 60 Enclosed €0 Enclosed 60
Efficiency: 62.20% 2500 Efficiency: 62.1% 4000 Efficiency: 61.8% 2250
Spacing: 1.0 Spacing: 0.7 Spacing: 1.0
3750 6000 3375
5000 300 8000 300 4500 300
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts** Spacing Initial Watts** Spacing Initial Watts**
on center footcandles Per Sq Ft on center footcandles Per Sq Ft on center footcandles Per Sq Ft
6 153 3.06' 6 156 3.06 6 153 3.06
8' 86 172 8' 88 1.72 8' 86 1.72
9' 68 1.36' 9' 69 136 9' 68 136
10: 55 141 O: 38' x 38'x 10" room, workplane 25" 1o 55 1.10
" 46 091 above floor, 80/50/20% reflectances 38'x 38' x 10" room, workplane 2 /5"
38' x 38' x 10’ room, workplane 2 /%' *#Based on electronic ballast input watts. above floor, 80/50/20% reflectances
above floor, 80/50/20% reflectances **Based on electronic ballast input watts.

*#Based on electronic ballast input watts.
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How to specify

/" aperture

Wet location metal halide lensed downlights

Trim kit Frame-in kit Ceiling cutout:: 8" Dia.
C7E17PL [ WHW C7{70|MHE1
Wattage-lamp
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width Reflector finish Finish
C770MHE1 Non-IC Electronic 120V ED17 (Enclosed-rated) 70 (78) 20" - 30" 107" White step baffle with white flange WHW
C770MHE2  Non-IC Electronic 277V ED17 (Enclosed-rated) 70 (78) 20" - 30" 1074"
C770MHU Non-IC Magnetic  120/277V ED17 (Enclosed-rated) 70 (94) 20" - 30" 18%"
C710MHET*  Non-IC Electronic 120V ED17 (Enclosed-rated) 100 (110) 20" - 30" 1074"
C710MHE2*  Non-IC Electronic 277V ED17 (Enclosed-rated) 100 (110) 20" - 30" 107"
C710MHU Non-IC Magnetic  120/277V ED17 (Enclosed-rated) 100 (125) 20" - 30" 18%"
* See specification sheet for marked spacing requirements.
7" ED17 Prismatic 70W 7" ED17 Prismatic T00W 7" ED17 Fresnel 100W
Reflector trim: C7E17PL| WHW Reflector trim: C7E17PL| WHW Reflector trim: C7E17FL | WHW
8%" 8%" 8%"
Ik Ik
| ! | ! )
Report: 2553FR 65 Report: 2567FR 475 Report: 2566FR 5
Lamp: 70W ED17 Lamp: 100W ED17 Lamp: 100W ED17
Ceramic MH 60° Ceramic MH 60° Ceramic MH 60°
Enclosed 1250 Enclosed 1750 Enclosed 1250
Efficiency: 44.4% Efficiency: 44.2% Efficiency: 45.70%
Spacing: 0.9 Spacing: 0.9 Spacing: 1.1
1875 2625 1875
2500 30° 3500 30° 2500 30°
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts** Spacing Initial Watts** Spacing Initial Watts**
on center footcandles Per Sq Ft on center footcandles Per Sq Ft on center footcandles Per Sq Ft
6 70 217 6 106 3.06 6 m 3.06
8 39 1.22 8 60 172 8 62 172
9 31 0.96 9 47 136 9 49 136
10 25 0.78 10 38 110 10 40 110
" 21 0.64 " 32 0.91 " 33 091

38' x 38' x 10" room, workplane 2/2'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

1.66  Philips Lightolier

38' x 38' x 10" room, workplane 2/2'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

38' x 38' x 10" room, workplane 2/2'
above floor, 80/50/20% reflectances
**Based on electronic ballast input watts.

For complete specification information visit www.lightolier.com



45" aperture

T4.5 metal halide wet location glasslite

Ceiling cutout:: 5 %"

Wattage-lamp

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width
C4A20T4EU Non-IC  Electronic ~ 120/277V T4-G8.5 20 (23) 20" - 30" 137"
C4A20BT5PGJ5E1 Non-IC  Electronic 120V T4-GU6.5 20 (23) 20" - 30" 137"
C4A20T4GU65EU  Non-IC  Electronic  120/277V T4-PGJ5 22 (25) 20" - 30" 137"
C4A39T4E1 Non-IC  Electronic 120V T4-G8.5 39 (44) 20" - 30" 137"
C4A39T4E2 Non-IC  Electronic 277V T4-G8.5 39 (44) 20" - 30" 137"
C4A39T4GU65EU  Non-IC  Electronic  120/277V T4-GU6.5 39 (44) 20" - 30" 137"
C4A70T4E1 Non-IC  Electronic 120V T4-G8.5 70 (78) 20" - 30" 137"
C4A70T4E2 Non-IC  Electronic 277V T4-G8.5 70 (78) 20" - 30" 137"

Calculite — Professional — Downlighting

How to specify
Frame-in kit

C4A[39| T4E1

Trim kit

C4T4GD

Upper Reflector

MHT4RF  (Flood)
MHT4RNF (Narrow Flood)
MHT4RNS (Spot)

Reflector finish White Flange Polished flange

CLw CLP
CCDW CCDP

Frosted glass
Comfort clear diffuse

42" T4.5 Flood 39W

Glass Trim: C4T4GD + MHT4RF (upper reflector)

Downlight 00
Report: 18679 ~
Lamp: 39W T4.5 €0
Ceramic MH 1000
Spacing: 0.7
1500
2000 30°

Multiple unit data (RCR 1)

Spacing Initial Watts
on center footcandles per sq ft
6 32 122
8' 18 0.69
9' 14 0.54
10' 12 044
1 10 0.36

38' x 38'x 10" room, workplane 2 /5
above floor, 80/50/20% reflectances

42" T4.5 Narrow flood 39W

Glass Trim: C4T4GA + MHT4RNF (upper reflector)

Adjustable 3000
Report: 18684 0
Lamp: 39W T4.5
Ceramic MH 6000
Actual beam: 19°
Max. tilt: 35 9000
12000 30°
30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface
D C FC L W D C FC L W
6 35 213 27'23  2° 35 370 29" 1.3
8' 4.6 120 3.6' 31" 3" 52' 164 44' 2.0'
10" 5.8' 77 45 39" 4 69" 92 58' 27
12' 69' 53 54' 46 6 104" 41 88' 40
15' 8.7' 34 6.8' 58 8 139' 23 11.7'54

42" T4.5 Flood 39W

Glass Trim: C4T4GA + MHT4RF (upper reflector)

Adjustable 25
Report: 18687 P
Lamp: 39W T4.5
Ceramic MH 1500
Actual beam: 32°
Max. tilt: 35 2250
3000 30°

30° Aiming angle
Horizontal surface

30° Aiming angle
Vertical surface

D C FC L W D C FC L W

6 3.5 54 47" 40" 2" 35 94 6123

8' 4.6 30 63'53 3" 52" 42 91 34

10" 5.8' 19 79" 6.6° 4" 69' 23 12.2'4.6'

12' 69" 14 94" 79" 6 104" 10 18.3'6.9"

15" 87" 9 11.8'99" 8 139" 6 244'9.2'
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How to specify

45" aperture

T4.5 metal halide open wall wash

Trim kit Frame-in kit Ceiling cutout:: 54"
C4T4AW C4[20]T4EU
Wattage-lamp Reflector White Aperture-

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width | finish flange matching flange
C420T4EU Non-IC  Electronic ~ 120V/277V T4-G8.5 20 (23) 20" - 30" 9%¢"  Specular clear CLw CLP
C420T4GU65EU Non-IC  Electronic ~ 120V/277V  T4-GU6.5 20 (23) 20" - 30" 9%¢"  Comfort clear diffuse CcCcbw CCDP
C420BT5PGJ5E1 Non-IC  Electronic 120V T4-PGJ5 22 (25) 20" - 30" 9"
C439T4E1 Non-IC  Electronic 120V T4-G8.5 39 (44) 20" - 30" 9"
C439T4E2 Non-IC  Electronic 277V T4-G8.5 39 (44) 20" - 30" 9"
C439T4GU65EU Non-IC  Electronic ~ 120V/277V  T4-GU6.5 39 (44) 20" - 30" 916"
C470T4ET* Non-IC  Electronic 120V T4-G8.5 70 (78) 20" - 30" 9"
C470T4E2* Non-IC  Electronic 277V T4-G8.5 70 (78) 20" - 30" 9"
* See specification sheet for marked spacing requirements.
474" T4.5 20W 474" T4.5 39W 44" T4.5 70W
Reflector trim: CAT4W Reflector trim: CAT4W Reflector trim: CAT4W

7" A" 75"

Report: 2427FR
Lamp: 20W T4.5
Ceramic MH

Downlight
Side

Multiple units Footcandles on wall

O O N oN AW

Distance from ceiling in feet

N
o

1.68

2' from Wall - 2' On Center

OoO—2—0O
19.6 18.2 19.6
25.8 267 25.8
27.5 267 27.5
24.8 238 24.8
202 201 202
16.9 16.8 16.9
139 137 139
11.8 "7 11.8
10.2 101 10.2
8.9 8.9 8.9

Philips Lightolier

Wall
Wash Side

Report: 2426FR
Lamp: 39W T4.5
Ceramic MH

Downlight
Side

Wall
Wash Side

Multiple units Footcandles on wall

@ N oUW N

oo

Distance from ceiling in feet

N
N

3' from wall - 3' on center

OoO—3yr—0
13.6 13.2 13.6
234 22.5 234
224 22.0 224
22.5 22.5 22.5
235 22.8 235
221 21.6 224
199 19.8 199
17.8 179 17.8
16.0 16.0 16.0
14.4 14.4 14.4
13.2 13.0 13.2
121 12.0 121

Report: 2425FR
Lamp: 70W T4.5
Ceramic MH

Downlight
Side

Wall
Wash Side

Multiple units Footcandles on wall

4' from Wall - 4' On Center

O— 4+ —O

1 154 12 154

2 294 226 294
.3 323 29.0 323
3 4 323 329 323
e 5 331 330 331
2 6 31.5 304 31.5
T 7 28.2 274 28.2
E 8 24.7 24.4 24.7
E 9 21.7 21.8 21.7
S 10 193 19.6 19.3
2 n 15.8 161 15.8
o 14 13.8 139 13.8

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

6" aperture

T6 metal halide open wall wash

How to specify

Ceili couts: 6/ Trim kit Frame-in kit
eiling cutout:: 6%

c6TeW C6[39]T6E1

Wattage-lamp Reflector White Aperture-

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C639T6E1 Non-IC  Electronic 120V Té 39 (44) 20" - 30" 107" Specular clear Clw CLP
C639T6E2 Non-IC  Electronic 277V T6 39 (44) 20" - 30" 1074" Comfort clear diffuse CCbw CCDP
C670T6E1 Non-IC  Electronic 120V T6 70 (78) 20" - 30" 107"
C670T6E2 Non-IC  Electronic 277V T6 70 (78) 20" - 30" 107"
C615T6ET* Non-IC  Electronic 120V T6 150 (167) 20" - 30" 107"
C615T6E2* Non-IC  Electronic 277V T6 150 (167) 20" - 30" 107"
Ce15TeU* Non-IC  Magnetic 1201277V T6 150 (180) 20" - 30" 18%"
* See specification sheet for marked spacing requirements.
6" T6 39W 6" T6 70W 6" T6 150W
Reflector trim: C6T6W Reflector trim: C6T6W Reflector trim: C6T6W

Report: 2586FR = 60° Report: 2588FR e 60° Report: 2589FR 60°
Lamp: 39W T6 Lamp: 70W T6 Lamp: 150W T6 1250
Ceramic MH Ceramic MH Ceramic MH
750 1500 2500
. (i 30°, . 2250 30° . 3750 302
Downlight Wall Downlight Wall Downlight Wall
Sigde — Wash Side Sigde — Wash Side Sigde — Wash Side
Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 4' from Wall - 4' On Center 4' from Wall - 4' On Center
O—3—O O—4—O O—4—O
1 121 1.0 121 1 174 12.2 174 1 18.9 16.4 18.9
2 204 18.8 204 2 29.6 19.7 29.6 2 363 33.5 363
. 3 24.6 239 24.6 . 3 357 259 357 L 3 481 44.3 481
o 4 24.6 262 24.6 o 4 373 339 373 g 4 533 52.5 533
e 5 24.9 241 24.9 e 5 37.8 375 37.8 s 5 526 557 526
2 6 229 219 229 2 6 36.2 36.0 36.2 2 6 54.5 53.8 54.5
T 7 20.2 20.0 20.2 T 7 325 329 324 T 7 535 51.2 53.5
g 8 17.8 18.0 17.8 g 8 284 29.3 284 g 8 49.6 48.2 49.6
E 9 16.0 16.1 16.0 =9 25.0 25.8 25.0 =9 454 45.2 454
S o100 144 144 144 S 10 223 230 223 S 10 #1841 41.8
g n 13.2 131 13.2 g n 184 18.7 184 T n 35.8 36.1 35.8
a 1 121 12.0 121 a 14 16.0 16.2 16.0 a 14 31.2 313 31.2

Comprehensive lighting catalog 7th Edition  1.69



Downlighting — Professional — Calculite

6" aperture

PAR lensed wall wash

’ €

How to specify

[T ||||‘i-
Trim kit Frame-in kit Ceil oy
eiling cutout:: 6%¢"
C6P38MHL [CLW] C6A[70]P38E1
Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C6A70P38E1 Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 V" Specular clear CLw CLP
C6A70P38E2 Non-IC  Electronic 277V PAR38 70 (78) 20" - 30" 19 V" Comfort clear diffuse ~ CCDW CCDP
C6A10P38E1 Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 19 V"
C6A10P38E2 Non-IC  Electronic 277V PAR38 100 (110) 20" - 30" 19 %"
6" PAR38 Wide flood 70W 6" PAR38 Wide flood 100W
Reflector trim: C6P38MHL Reflector trim: C6P38MHL [CLW]
Report: 2464FR Report: 2465FR
Lamp: 70W PAR38 WFL 500 o Lamp: 100W PAR38 WFL 750 o
Ceramic MH Ceramic MH
1000 1500
1500 2250
30° [pa— 200
Downlight 2000 Wall Downlight 3000 Wall
Side Wash Side Side Wash Side
Multiple units Footcandles on wa Multiple units Footcandles on wall
3' from wall - 3" on center 4' from Wall - 4' On Center
O—3—0O O— 4+ —O
1 27.2 193 27.2 1 27.2 193 27.2
2 50.8 43.2 50.8 2 50.8 43.2 50.8
. 3 62.2 56.1 62.2 3 62.2 56.1 622
8 4 58.0 54.8 58.0 :g 4 58.0 54.8 58.0
c 5 48.5 472 48.5 c 5 48.5 472 48.5
g 6 391 384 391 2 6 391 384 391
g 7 317 312 317 73 7 317 312 317
g 8 26.3 259 26.3 e 8 26.3 259 26.3
E 9 221 21.8 221 £ o 221 21.8 221
g 10 189 187 189 g 10 189 18.7 189
8 n 14.6 14.5 14.6 g n 14.6 14.5 14.6
o 14 12.5 124 12.5 a 14 12.5 124 12.5

1.70  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

/" aperture

PAR lensed wall wash

2 <
e How to specify
Ceil g Trim kit Frame-in kit
eiling cutout:: 8"
C7P38MHL [CLW] C7A[70]P38E1
Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C7A70P38E1 Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 %" Specular clear CLw CLP
C7A70P38E2 Non-IC  Electronic 277V PAR38 70 (78) 20"-30" 19" Comfort clear diffuse ~ CCDW CCDP
C7A10P38E1 Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 19 %"
C7A10P38E2 Non-IC  Electronic 277V PAR38 100 (110) 20"-30" 19"
7" PAR38 Wide flood 70W 7" PAR38 Wide flood 100W
Reflector trim: C7P38MHL Reflector trim: C7P38MHL [CLW]
Report: 2590FR Report: 2465FR
Lamp: 70W PAR38 WFL 500 o Lamp: 100W PAR38 WFL 625 >
Ceramic MH Ceramic MH
1000 1250
1500 1875
300 . \ €]
Downlight 2000 ‘Wall Downlight 250! Wall
Side Wash Side Side Wash Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3" from wall - 3' on center 4" from Wall - 4' On Center
O— 33— O— 4 —O
1 267 209 267 1 13.8 1141 13.8
2 62.0 54.0 62.0 2 361 31.0 361
. 3 753 68.3 753 L 3 54.5 474 54.5
8 4 679 652 679 8 4 60.5 551 60.5
c 5 559 551 559 c 5 57.0 544 570
2 6 448 444 448 2 ¢ 500 490 50.0
S 7 36.2 359 362 g 7 42.8 424 42.8
g 8 29.8 29.6 29.8 g 8 363 36.0 363
E 9 25.0 249 25.0 &9 308 307 308
S 10 24 213 214 S 10 265 265 265
g 12 16.6 16.5 16.6 g n 204 204 204
o 14 14.2 141 14.2 o 14 16.9 16.9 16.9
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Downlighting — Professional — Calculite

6" aperture

ED17 metal halide open wall wash

©
®

—L
LTI IIIIIIIII’:r

Ceiling cutout:: 6%/¢"

How to specify

Trim kit Frame-in kit

C6E170W [CLW] C6[70|MHOE

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C670MHOE1 Non-IC Electronic 120V ED17 (Open-rated) 70 (78) 20" - 30" 107" Specular clear CLwW CLP
C670MHOE2 Non-IC  Electronic 277V ED17 (Open-rated) 70 (78) 20" - 30" 107" Comfort clear diffuse ~ CCDW CCDP
C670MHU Non-IC Magnetic  120/277V ED17 (Open-rated) 70 (94) 20" - 30" 18%"
C610MHOE1 Non-IC Electronic 120V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C610MHOE2 Non-IC Electronic 277V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C6110MHU Non-IC Magnetic  120/277V ED17 (Open-rated) 100 (125) 20" - 30" 18%"

6" ED17 Open rated 70W
Reflector trim: C6E170W

9Va"

Report: 2393FR
Lamp: 70W ED17 625 o

Ceramic MH

Open Rated 1250

187!
Downlight 500 30° Wall
Side Wash Side

Multiple units Footcandles on wall

3' from wall - 3' on center

O— 3 —0O

1 199 14.8 199

2 29.8 238 29.8
L 3 294 244 294
S 4 28.1 24.6 28.1
c 5 2611 24.5 2611
2 6 23.2 21.8 232
T 7 20.1 19.5 2011
£ 8 175 175 175
E 9 154 15.6 154
g 10 138 139 137
g n 114 114 14
o 14 102 10.0 102

1.72  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

/" aperture

ED17 metal halide open wall wash

=
LTI
Ceiling cutout:: 8"

How to specify

Trim kit Frame-in kit

C7E170W C7[70]MHOET

Wattage-lamp Reflector White Aperture-

Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C770MHOE1 Non-IC Electronic 120V ED17 (Open-rated) 70 (78) 20" - 30" 107" Specular clear CLw CLP
C770MHOE2 Non-IC Electronic 277V ED17 (Open-rated) 70 (78) 20" - 30" 107" Comfort clear diffuse ~ CCDW CCDP
C770MHOU Non-IC Magnetic  120/277V ED17 (Open-rated) 70 (94) 20" - 30" 187"
C710MHOET*  Non-IC Electronic 120V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C710MHOE2*  Non-IC Electronic 277V ED17 (Open-rated) 100 (110) 20" - 30" 107"
C710MHOU Non-IC Magnetic  120/277V ED17 (Open-rated) 100 (125) 20" - 30" 18%"
C715MHOET*  Non-IC Electronic 120V ED17 (Open-rated) 150 (167) 20" - 30" 107"
C715MHOE2*  Non-IC Electronic 277V ED17 (Open-rated) 150 (167) 20" - 30" 107"

* See specification sheet for marked spacing requirements.

6" ED17 Open rated 100W
Reflector trim: C7E170W [CLW]

97

Report: 2344FR
Lamp: 100W ED17 1375 500
Ceramic MH
Open Rated 275
4125
Downlight | M 30° Y wall
Side 5500 Wash Side

Multiple units Footcandles on wall

3' from wall - 3' on center

O— 33—

1 258 226 258

2 375 352 375
L 3 434 397 434
8 4 Y14 398 414
c 5 389 371 389
2 6 384 34.9 384
T 7 36.5 339 36.5
E 8 335 323 335
E 9 307 300 307
g 10 283 277 283
£ 12 244 238 244
O 14 216 212 216
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Downlighting — Professional — Calculite

& 45" aperture

¥ T4.5 metal halide adjustable accent

. Ceiling cutout:: 54"
How to specify

Trim kit Frame-in kit

C4A[20]T4EU

Upper Reflector

C4T4A[CLW| MHT4RF  (Flood)
MHT4RNF (Narrow Flood)

MHT4RNS (Spot)
Wattage-lamp

Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C4A20T4EU Non-IC  Electronic  120V/277V  T4-G8.5 20 (23) 20" - 30" 137" Specular clear CLW CLP
C4A20T4GU65EU  Non-IC  Electronic ~ 120V/277V  T4-GU6.5 20 (23) 20" - 30" 137%" Comfort clear diffuse ~ CCDW CCDP
C4A20BT5PGJ5E1 Non-IC  Electronic 120V T4-PGJ5 22 (25) 20" - 30" 137"
C4A39T4E1 Non-IC  Electronic 120V T4-G8.5 39 (44) 20" —30" 137%"
C4A39T4E2 Non-IC  Electronic 277V T4-G8.5 39 (44) 20" - 30" 137"
C4A39T4GU65EU  Non-IC  Electronic ~ 120V/277V  T4-GU6.5 39 (44) 20" - 30" 137%"
C4A70T4E1 Non-IC  Electronic 120V T4-G8.5 70 (78) 20" - 30" 137"
C4A70T4E2 Non-IC  Electronic 277V T4-G8.5 70 (78) 20" - 30" 137%"

42" T4.5 Spot 39W
Trim: C4T4A + MHTA4RS (upper reflector)

4" T4.5 Narrow flood 39W
Trim: CAT4A [CLW] + MHT4RNF (upper reflector)

4" T4.5 Flood 39W
Trim: CAT4A [CLW] + MHT4RF (upper reflector)

Report: 2350FR
Lamp: 39W T4.5
Ceramic MH
Actual beam: 12°
Max. tilt: 35°

5000

10000

15000

20000

30° Aiming angle
Horizontal surface

60°

30°

30° Aiming angle
Vertical surface

D C FC L W D C FC L W

8' 4.6 154 23" 19" 3" 52' 210 2.6 1.3

10" 5.8' 98 2.8' 24" 4" 69" 118 3.5' 1.7

12" 69" 68 34' 29" 6 104 53 52' 2.5

15" 8.7' 44 42' 3.6 8 139' 30 70" 34

20" 11.5' 25 5.6 49" 12'20.8' 13 104'5.0'
1.74 Philips Lightolier

Report: 2349FR
Lamp: 39W T4.5
Ceramic MH
Actual beam: 19°
Max. tilt: 35°

30° Aiming angle
Horizontal surface

D C FC L
6 3.5
8' 4.6
10" 5.8'
12" 69
15" 8.7

113 3.6
72 45
50 54

201 2.7

32 6.8

4000

8000
12000
16000

w D
23" 2
31 3
39" 4
4.6' 6'
58 8

60°

30°

30° Aiming angle

Vertical surface
C FC L W

3.5' 349 29
52' 155 44'
69' 87 58' 2.7
104" 39 8.8' 4.0’
139" 22 11.7' 54"

1.3
2.0'

For complete specification information visit www.lightolier.com

Report: 2348FR
Lamp: 39W T4.5

Ceramic MH
Actual beam: 30°
Max. tilt: 35°

30° Aiming angle
Horizontal surface

875

1750

2625

3500

30°

D C FC L W D
6 35 62 44" 37" 2
8" 4.6 35 59' 50 3
10" 5.8' 22 73" 62" 4
12" 69" 16 88" 74" 6'

15" 8.7

10 11.0'9.3" 8"

30° Aiming angle
Vertical surface

C FC L W

3.5' 107 55" 21
52' 48 82' 3.2
6.9' 27 109'4.3'
104" 12 164" 64
139" 7 219'8.6



Calculite — Professional — Downlighting

6" aperture

T6 metal halide adjustable accent

<« B »

© 9 How to specify
Trim kit Upper Reflector Frame-in kit
IR AR IR
C6T6A MHT4RF  (Flood) C6A[39]T6E1
Ceiling cutout:: 6" MHT4RNF (Narrow Flood)

MHT4RNS (Spot)

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C6A39T6ET Non-IC  Electronic 120V Té6 39 (44) 20" - 30" 19 %" Specular clear CLW CLP
C6A39TEE2 Non-IC  Electronic 277V T6 39 (44) 20" - 30" 19 %" Comfort clear diffuse ~ CCDW CCDP
C6A70T6E1 Non-IC  Electronic 120V Té6 70 (78) 20" - 30" 19 V6"
C6A70T6E2 Non-IC  Electronic 277V Té 70 (78) 20" - 30" 19 %"
C6A15TOET* Non-IC  Electronic 120V Té 150 (167) 20" - 30" 19 %"
* See specification sheet for marked spacing requirements.
6" T6 Spot 70W 6" T6 Narrow flood 70W 6" T6 Flood 70W
Trim: C6T6A + MHT6RS (upper reflector) Trim: C6T6A + MHT6RNF (upper reflector) Trim: C6T6A + MHT6RF (upper reflector)
Report: 2602FR Report: 2526FR Report: 2527FR
Lamp: 70W Té 10000 Lamp: 70W Té 5000 Lamp: 70W Té 2000
Ceramic MH Ceramic MH Ceramic MH
Actual beam: 14° €0 Actual beam: 19° 60° Actual beam: 33° 60°
Max. tilt: 40° 20000 Max. tilt: 40° 10000 Max. tilt: 40° 4000
30000 15000 6000
40000 30° 20000 30° 8000 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK L W D CTF L W D CF L W D CFC L W D CF L W D CFC L W
8' 4.6 370 2.6' 2.3' 3" 52'507 31" 1.5 8' 4.6 182 3.6' 3.1 3' 52'250 44' 2.0 8' 46 73 6555 3" 52'100 9.6 3.6
10" 5.8' 237 3.3' 2.8' 4" 6.9' 285 41" 2.0 10" 5.8' 117 4.5' 39" 4 69' 140 5.8' 2.7’ 10" 5.8' 47 81" 68" 4 69' 56 129'47
12" 69' 165 39' 34" 6 104'127 6.2' 2.9 12" 69' 81 54' 46 6 104 62 88' 4.0 12" 69' 33 98' 82" 6 104 25 193" 71
15" 8.7' 105 49' 43" 8 139' 71 82' 39 15" 87' 52 6.8' 58" 8 139' 35 11.7' 54 15" 8.7' 21 12.2'10.3" 8" 139' 14 257'9.5
20" 11.5' 59 6.6' 57'  12'20.8' 32 12.3' 59" 20" 11.5' 29 9.0' 77" 12'20.8' 16 17.5' 8.0’ 20" 11.5' 12 16.3'13.7"  12'20.8" 6 38.6'14.2"

Comprehensive lighting catalog 7th Edition  1.75



Downlighting — Professional — Calculite

6" aperture

PAR metal halide adjustable accent

4 B »

How to specify S [TTITTE-

Trim kit Frame-in kit

C6P30MHA [CLW] C6A[39]P30E1

Ceiling cutout:: 67"

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C6A39P30E1 Non-IC  Electronic 120V PAR30 39 (44) 20" - 30" 19 %" Specular clear CLW CLP
C6A39P30E2 Non-IC  Electronic 277V PAR30 39 (44) 20" - 30" 19 V" Comfort clear diffuse ~ CCDW CCDP
C6A70P38ET* Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 %"
C6A70P38E2* Non-IC  Electronic 277V PAR38 70 (78) 20" - 30" 19 %"
* See specification sheet for marked spacing requirements.
6" PAR30 Spot 39W 6" PAR30 Flood 39W 6" PAR30 Flood 70W
Reflector trim: C6P30MHA Reflector trim: C6P30MHA Reflector trim: C6P30MHA
Report: 2500FR Report: 2499FR Report: 2498FR
Lamp: 39W PAR30 SP 5000 Lamp: 39W PAR30 FL 875 Lamp: 70W PAR30 FL 2000
Ceramic MH Ceramic MH Ceramic MH
Actual beam: 11° 60 Actual beam: 35° 60 Actual beam: 35° 60
Max. tilt: 40° 10000 Max. tilt: 40° 1750 Max. tilt: 40° 4000
15000 2725 6000
20000 30° 3500 30° 8000 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK L W D CFC L W D CFK L W D CFC L W D CFK L W D CFC L W
6 35387 15 13 2" 3.5 670 1.6 0.8 8' 46 36 70'58 3 52' 49 10.8'3.8' 8' 46 79 70'58 3 52'10810.8'3.8'
8" 4.6 217 21" 18" 3" 52'298 24' 1.2 10" 5.8' 23 87' 73" 4 69" 28 144'5.0' 10" 5.8' 51 87' 73" 4 69" 61 144'5.0'
10" 5.8' 139 2.6' 22" 4" 6.9' 167 32' 1.5 12" 69" 16 104'87' 6 104" 12 21.6' 7.6' 12" 69" 35 104'87' 6 104" 27 21.6' 7.6'
12" 69" 97 31 27" 6 104" 74 48" 23 15" 87' 10 13.0'109' 8" 139' 7 28.8'10.1" 15" 87' 23 13.0'109' 8" 13.9' 15 28.8'10.1'
15" 87' 62 39' 33" 8 139" 42 63" 3.1 20" 11.5' 6 174'14.6' 12'20.8" 3 431'15.1" 20" 11.5' 13 174'14.6' 12'20.8" 7 431'15.1"

1.76 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

6" aperture

PAR metal halide adjustable accent

How to specify

TR RSN IR

Trim kit Frame-in kit

C6P38MHA C6A[70]P38E1

Ceiling cutout:: 67"

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C6AT70P38E1 Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 %" Specular clear CLw CLP
C6A70P38E2 Non-IC  Electronic 277V PAR38 70 (78) 20" - 30" 19 %" Comfort clear diffuse ~ CCDW CCDP
C6AT0P38ET Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 19 %"
C6A10P38E2 Non-IC  Electronic 277V PAR38 100 (110) 20" - 30" 19 %"
6" PAR38 Spot 70W 6" PAR38 Flood 70W 6" PAR38 Flood 100W
Reflector trim: C6P38MHA Reflector trim: C6P38MHA Reflector trim: C6P38MHA
Report: 2502FR Report: 2501FR Report: 2503FR
Lamp: 70W PAR38 SP 11250 Lamp: 70W PAR38 FL 4000 Lamp: 100W PAR38 FL 5000
Ceramic MH Ceramic MH Ceramic MH
Actual beam: 12° 60 Actual beam: 23° 60 Actual beam: 24° 60
Max. tilt: 40° 22500 Max. tilt: 40° 8000 Max. tilt: 40° 10000
33750 12000 15000
45000 30° 16000 30° 20000 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CFK L W D CFC L W D CFK L W D CFC L W D CFK L W D CFC L W
6 358021715 2" 3513901.7' 0.8 8' 4.6 152 44' 3.8' 3' 52'209 5.6 24 8' 4.6 189 4.6' 39" 3' 52'258 59' 2.6
8" 4.6 451 2.3' 19" 3" 52' 618 2.6' 1.3' 10' 5.8' 98 55" 47" 4" 69' 117 74" 33' 10" 5.8' 121 5.8' 49" 4" 69' 145 79' 34"
10' 5.8' 289 2.8' 24' 4" 6.9' 347 3.5' 1.7 12" 69' 68 6.6' 56 6 104" 52 11.2'49' 12" 69' 84 69' 59" & 104" 64 11.8'5.1"
12" 69' 201 34' 29" 6 104'154 52' 2.5 15' 87" 43 83' 70" 8" 139' 29 149'6.5' 15' 87" 54 8.6' 74" 8" 139' 36 15.7'6.8'
15" 8.7' 128 4.2' 3.6/ 8 139' 87 70" 34 20" 11.5' 24 11.0' 94"  12'20.8' 13 22.3'9.8' 20" 11.5' 30 11.5'9.8"  12'20.8' 16 23.6'10.2"
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Downlighting — Professional — Calculite

/" aperture

PAR Metal halide adjustable accent

How to specify (O]
Trim kit Frame-in kit
C7P38MHA C7A[70]P38E1 SRR GREa
Ceiling cutout:: 8"

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C7A70P38E1* Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 V" Specular clear CLW CLP
C7A70P38E2* Non-IC  Electronic 277V PAR38 70 (78) 20" - 30" 19 " Comfort clear diffuse ~ CCDW CCDP
C7A10P38E1* Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 19 V"
C7A10P38E2* Non-IC  Electronic 277V PAR38 100 (110) 20" - 30" 19 V"
C7A15P38ET* Non-IC  Electronic 120V PAR38 150 (167) 20" - 30" 19 V"
C7A15P38E2* Non-IC  Electronic 277V PAR38 150 (167) 20" - 30" 19 V"

* See specification sheet for marked spacing requirements.

7" PAR38 Spot 70W 7" PAR38 Spot 100W 7" PAR38 Spot 150W
Reflector trim: C7P38MHA Reflector trim: C7P38MHA Reflector trim: C7P38MHA
Report: 2485FR Report: 2488FR Report: 2583FR
Lamp: 70W PAR38 SP 12500 Lamp: 100W PAR38 SP 17500 Lamp: 150W PAR38 SP 10000
CMH CMH CMH
Actual beam: 12° 60 Actual beam: 12° 60 Actual beam: 18° 60
Max. tilt: 45° 25000 Max. tilt: 45° 35000 Max. tilt: 45° 20000
37500 52500 30000
50000 30° 70000 30° 40000 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CF L W D CFC L W D CF L W D CFC L W D CF L W D CFC L W
6 35929 17" 1.5 2" 35'16101.7' 0.8' 8' 4.6 740 2.3' 19' 3" 52'10122.6 1.3 8' 4.6 421 34' 29" 3" 52'576 41' 19’
8' 4.6 523 23" 19 3" 52" 716 2.6' 1.3 10' 5.8' 473 2.8' 24' 4" 6.9' 570 3.5' 1.7 10" 5.8' 269 43' 37" 4" 6.9' 324 5.5' 2.5
10" 5.8' 335 2.8' 24" 4" 69' 402 3.5' 1.7 12" 69' 329 34' 29" 6 104'253 52' 2.5 12" 69' 187 51" 44" 6 104'144 8.2' 3.8'
12" 6.9' 232 34' 29" 6 104'179 52' 2.5 15" 8.7' 210 4.2' 3.6' 8' 13.9'142 70" 34' 15" 87' 120 64' 5.5 8 139' 81 11.0' 5.1
15" 8.7' 149 42' 3.6 8' 13.9'101 7.0" 34 20" 11.5' 118 5.6' 49' 12'20.8' 63 104'5.0' 20" 11.5" 67 8.5' 7.3 12'20.8" 36 16.4' 7.6'
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/" aperture

PAR Metal halide adjustable accent

O) How to specify
Trim kit Frame-in kit
RGOS C7P38MHA C7A[70]P38E1

Ceiling cutout:: 8"

Wattage-lamp Reflector White Aperture-
Frame-in kits Type Ballast Input voltage Lamp (luminaire) Length (bars) Width finish flange matching flange
C7A70P38ET* Non-IC  Electronic 120V PAR38 70 (78) 20" - 30" 19 %" Specular clear CLW CLP
C7A70P38E2* Non-IC Electronic 277V PAR38 70 (78) 20"—30" 19 %" Comfort clear diffuse ~ CCDW. CCDP
C7A10P38E1* Non-IC  Electronic 120V PAR38 100 (110) 20" - 30" 19 %"
C7A10P38E2* Non-IC  Electronic 277V PAR38 100 (110) 20" —30" 19 %"
C7A15P38E1* Non-IC  Electronic 120V PAR38 150 (167) 20" - 30" 19 %"
C7A15P38E2* Non-IC  Electronic 277V PAR38 150 (167) 20" —30" 19 %"

* See specification sheet for marked spacing requirements.

7" PAR38 Flood 70W 7" PAR38 Flood 100W 7" PAR38 Flood 150W
Reflector trim: C7P38MHA Reflector trim: C7P38MHA Reflector trim: C7P38MHA
Max. tilt: 45° Max. tilt: 45° Max. tilt: 45°
Report: 2486FR 5000 Report: 2487FR 6250 Report: 2582FR
Lamp: 70W PAR38 FL Lamp: 100W PAR38 FL Lamp: 150W PAR38 FL
Actual beam: 23° 60 Actual beam: 23° 60 Actual beam: 24° €0
10000 12500 15000
15000 18750 22500
20000 30° 25000 30° 30000 30°
30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle 30° Aiming angle
Horizontal surface Vertical surface Horizontal surface Vertical surface Horizontal surface Vertical surface
D CF L W D CFC L W D CF L W D CFC L W D CF L W D CFC L W
6 35301 33" 28 2" 35 521 37" 16 8' 4.6 239 44' 38" 3" 52'328 5.6 24 8' 4.6' 268 4.6' 39 3' 52' 367 59' 2.6
8' 4.6 169 44' 38" 3' 52'232 56 24 10' 5.8' 153 5.5' 47" 4" 69' 184 74" 3.3 10' 5.8' 172 5.8' 49' 4" 6.9' 206 79" 34
10" 5.8' 108 5.5' 47" 4" 69' 130 74" 3.3' 12" 69' 106 6.6' 56 6 104" 82 11.2'49' 12" 69" 119 69' 59" 6 104" 92 11.8' 51"
12" 69" 75 6.6' 56 6 104' 58 11.2'49' 15" 8.7' 68 8.3' 7.0 8' 139' 46 14.9'6.5' 15" 87" 76 8.6' 74" 8" 139' 52 15.7'6.8'
15" 8.7' 48 8.3' 7.0 8" 139' 33 149'6.5' 20" 11.5' 38 11.0' 94" 12'20.8' 20 22.3'9.8' 20" 11.5' 43 11.5'9.8"  12'20.8' 23 23.6'10.2"
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Inno

T4.5 Metal halide surface cylinders

Wall Mount Kit

9N ]
(247mm)
|
10"
(267mm)
o
1 to the 9n
How to Specify cete 2o
Cylinder (complete unit) octagon
outlet
C4CIN20T4EUA box
57%" -
(229mm) dia.
Inno Decorative Cylinder Luminaire
Cat. No. Finish Ballast Lamp Voltage Input Watts
C4CIN20T4EUA Brushed aluminum Electronic T4-G8.5 120V-277V 20W (23W)
C4CIN20BT5PGJ5E1A  Brushed aluminum Electronic T4-PGJ5 120V 20W (23W)
C4CIN20T4GU65EUA Brushed aluminum Electronic T4-GU6.5  120V-277V 20W (23W)
C4CIN39T4EUA Brushed aluminum Electronic T4-G8.5 120V-277V 39W (44W)
C4CIN39BT5PG)5E1A Brushed aluminum Electronic T4-PGJ5 120V 39W (44W)
C4CIN39T4GU65EUA Brushed aluminum Electronic T4-GU6.5  120V-277V 39W (44W)

414" T4.5 Inno cylinder 39W
Complete unit: C4CIN39T4EU

g
(al
Report: 2614FR
Lamp: 39W T4-G8.5 250
Ceramic MH D Cable pendant kit
Efficiency: 43.6% 60
Spacing: 0.9 500
750
Mounting Kits
1000 \
30 Cat. No. Finish Description
Multiple unit data (RCR 2) CA4CWBSA Brushed aluminum  Wall-mount kit
Spacing Initial Watts CACPSA Brushed aluminum 10" Cable pendant
on center footcandles per sq ft kit
6 39 122 CACSSA Brushed aluminum  Stem kit
8' 22 0.69
9 17 0.54 (45° Swivel, 37" long)

38' x 38' x 10' room, workplane 25"
above floor, 80/50/20% reflectances

1.80  Philips Lightolier For complete specification information visit www.lightolier.com



Expo

T4.5 Metal halide surface cylinders

h 9 % (245mm) Dia;

Calculite — Professional — Downlighting

12"
(305mm) B |
10%" I ||
270mm "
10%
to the i
center (27omm) ! ‘
of 4"
77" aem—
ot (200mrm) 8 .
box L [
I-,,
} 3
0
— e How to Specify
1 34" (89mm) Dia.
— Cylinder (complete unit)
5-7/8" (149mm) Dia.
C4CEX20T4EUA
Expo Decorative Cylinder Luminaire
Cat. No. Finish Ballast Lamp Voltage Input Watts
C4CEX20T4EUA Brushed aluminum Electronic T4-G8.5 120V-277V 20W (23W)
C4CEX20BT5PGJ5E1A  Brushed aluminum Electronic T4-PGJ5 120V 20W (23W)
C4CEX20T4GU65EUA  Brushed aluminum Electronic T4-GU6.5  120V-277V 20W (23W)
C4CEX39T4EUA Brushed aluminum Electronic T4-G8.5 120V-277V 39W (44W)
C4CEX39BT5PGJ5E1A  Brushed aluminum Electronic T4-PGJ5 120V 39W (44W)
C4CEX39T4GU65EUA  Brushed aluminum Electronic T4-GU6.5  120V-277V 39W (44W)

Shown with optional
decorative EXPO3
rod & trim kit.

4" T4.5 Expo cylinder 39W

Complete unit: C4CEX39T4EU

y 10%"
Report: 2605FR
: 39W T4-G8.
EXPO EXPO Lamp: JIWT4-G85 55
Stem kit Cable pendant kit Ceramic FH
emid able pendantid Efficiency: 49.7% 60
Spacing: 0.8 750
1125
( Mounting Kits
‘ Cat. No. Finish Description 1500 30°
| CA4CWBSA Brushed alumi Wall- t kit
rushed duminum - Yal-mount Multiple unit data (RCR 2)
CACPSA Brushed aluminum 10" Cable pendant . »
it Spacing Initial Watts
‘l on center footcandles per sq ft
— [_‘ 1 CACSSA Brushed aluminum  Stem kit o o 17
gm i 3 CAEXPTSA Brushed aluminum  Expo3 rod & trim kit 8' 24 0.69
L [}a 9’ 19 0.54

38' x 38' x 10" room, workplane 25"
above floor, 80/50/20% reflectances
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45" aperture

T4.5 Metal halide surface cylinders

o

How to specify
Cylinder (complete unit)
C4CS20T4E1/CATAHW

Wattage-lamp
Cylinder Housing Finish Ballast Input voltage Lamp (luminaire) Reflector finish
C4CS20T4E1 Painted White Electronic 120V T4-G8.5 20 (23) Specular clear CL
C4CS20T4E2 Painted White Electronic 277V T4-G8.5 20 (23) Comfort clear diffuse ~ CCD
C4CS39T4E1 Painted White Electronic 120V T4-G8.5 39 (44)
C4CS39T4E2 Painted White Electronic 277V T4-G8.5 39 (44)

42" T4.5 wide beam 39W
Complete unit: C4T4HW

85/8" =}

Report: 2341FR
Lamp: 39W T4.5
Ceramic MH o
Efficiency: 52.4%
Spacing: 1.1
30°
Multiple unit data (RCR 2)
Spacing Initial Watts
on center footcandles per sq ft
6 50 1.22
8' 28 0.69
9' 22 0.54
10' 18 0.44
' 15 0.36

38' x 38' x 10" room, workplane 2 /4"
above floor, 80/50/20% reflectances

1.82  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

6" aperture

T6 Metal halide surface cylinders

[ g
| N
i
How to specify
Cylinder (complete unit)
C6CS39T6EU/CETEVW
Wattage-lamp
Cylinder Housing Finish Ballast Input voltage Lamp (luminaire) Reflector finish
C6CS39T6EU Painted White Electronic 120V Té 39 (44) Specular clear CL CCD
C6CS70T6EU Painted White Electronic 120V T6 70 (78) Comfort clear diffuse  CCD CCD
6" T6 narrow beam 70W 6" T6 medium beam 70W 6" T6 wide beam 70W
Complete unit: C6T6VN Complete unit: C6T6VM Complete unit: C6T6VW
1212 1212 1212
Report: 2334FR Report: 2335FR Report: 2323FR
Lamp: 70W Té Lamp: 70W Té Lamp: 70W Té
Ceramic MH Ceramic MH ~ Ceramic MH
Efficiency: 62.7% €0 Efficiency: 62.8% 60 Efficiency: 60.5% 60
Spacing: 0.6 Spacing: 0.9 Spacing: 1.2
30° 30° 30°
Multiple unit data (RCR 2) Multiple unit data (RCR 2) Multiple unit data (RCR 2)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
6 123 217 6 21 247 6 116 217
8' 69 122 8' 68 122 8' 65 122
9' 55 0.96 9' 54 0.96 9' 51 0.96
38' x 38'x 10" room, workplane 2 /5 38' x 38'x 10" room, workplane 2 /5 38' x 38'x 10" room, workplane 2 /5
above floor, 80/50/20% reflectances above floor, 80/50/20% reflectances above floor, 80/50/20% reflectances
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How to specify

Cylinder (complete unit)

C7CS70MEU/CTE170VM [CLW]

/" aperture

ED17/BD17/PAR Metal halide surface cylinders

16 5/8"

Wattage-lamp

Cylinder Housing  Finish Ballast Input voltage Lamp (luminaire)
C7CS70MEU Painted White  Electronic  120/277V PAR38 / ED17 (Enclosed-rated) 70 (78)
C7CS70MHU Painted White  Magnetic ~ 120/277V PAR38 / ED17 (Enclosed-rated) 70 (94)
C7CS70MHOEU  Painted White  Electronic  120/277V PAR38 / ED17 (Open-rated) 70 (78)
C7CS70MHOU Painted White  Magnetic ~ 120/277V PAR38 / ED17 (Open-rated) 70 (94)
Painted White  Electronic  120/277V PAR38 / ED17 (Enclosed-rated) 100 (110)
C7CS10MHU Painted White  Magnetic ~ 120/277V PAR38 / ED17 (Enclosed-rated) 100 (125)
C7CS1OMHOEU  Painted White  Electronic  120/277V PAR38 / ED17 (Open-rated) 100 (110)
C7CS10MHOU Painted White  Magnetic ~ 120/277V PAR38 / ED17 (Open-rated) 100 (125)

8" Dia.

White Flange Polished flange

CLw CLP
CCDW CCDP

Reflector finish

Specular clear
Comfort clear diffuse

7" ED17 Open rated 100W
Complete unit: C7E170VM

16 5/8"

Report: 2396FR
Lamp: 100W ED17
Ceramic MH
Open Rated 60°
Efficiency: 61.3%
Spacing: 0.8

30°
Multiple unit data (RCR 2)
Spacing Initial Watts

on center footcandles per sq ft

6 153 347

8' 86 195

9' 68 1.54

10' 55 1.25

38' x 38' x 10" room, workplane 2 /4"
above floor, 80/50/20% reflectances

For ED17 (enclosed) reflector trim order C7E17VM.

1.84  Philips Lightolier

7" PAR38 100W
Complete unit: C7P38MH

iy

16 5/8" @

Report: 2422FR
Lamp: 100W PAR38
WFL
Ceramic MH 60°
Efficiency: 84.1%
Spacing: 0.8
30°
Multiple unit data (RCR 2)
Spacing Initial Watts
on center footcandles per sq ft
6 170 347
8' 96 195
9' 76 1.54
10' 61 1.25

38' x 38' x 10" room, workplane 2 /4"
above floor, 80/50/20% reflectances

7" ED17 Prismatic lens 100W
Complete unit: C7E17PL

16 5/8"

Report: 2567FR
Lamp: 100W ED17
Ceramic MH
Enclosed 60°
Efficiency: 44.2%
Spacing: 0.9

30°
Multiple unit data (RCR 2)
Spacing Initial Watts

on center footcandles per sq ft

6 106 347

8 60 195

9' 47 1.54

10' 38 1.25

38'x 38' x 10" room, workplane 2 /4"
above floor, 80/50/20% reflectances

For fresnel lens reflector trim order C7E17FL.

For complete specification information visit www.lightolier.com






Low & line voltage lighting

Calculite offers a broad array of
architectural downlights designed
specifically for general ambient lighting,

wall washing and accent lighting.

1.86 hilips Lightolier

or complete specification info

mation visit www.lig

htolier.com
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442" x 44" aperture

Open halogen MR16 downlight

A

How to specify

Ceiling cutout:: 54" x 54"

S— e
rim e ramenn e Ceiling thickness: 2" Max.

C4X4MRD C4X4LVMU

Frame-in kits Type Ballast Input voltage Lamp Wattage Length Width Height Reflector finish White Flange Polished flange

C4X4LVMU Non-IC Magnetic 120vV/277V  MR16 42-65W 15" 133/4" 7172 Clear CcLw CLp

CAX4LVET Non-IC Electronic 120V MR16 65W Max. 14 3/4" 133/4" 7172 Comfortdleardiffuse  CCDW CCDP

C4X4LVE2 Non-IC Electronic 277V MR16 65W Max. 15" 13340 71720 White WHW N/A

42" x 47" Aperture 37W IRMR16,40° 45" x 45" Aperture 50W MR16, 40° 442" x 42" Aperture 50W MR16, 60°

Reflector trim: C4X4MRD Reflector trim: C4X4MRD Reflector trim: C4X4MRD
Report no.: 3365FR-37W Report no.: 3366FR Report no.: 3367FR
Lamp: 37W IR MR16 - 40° 375 Lamp: 50W MR16 - 40° Lamp: 50W MR16 - 60° 475
Initial lumens: 840 60° Initial lumens: 800 500 60° Initial lumens: 825 S
Efficiency: 72.5% 750 Efficiency: 77.6% Efficiency: 66.0% &0
Spacing: 0.6 Spacing: 0.6 Spacing: 0.8 30
1125 1000 525
1500 30° 1500 30° 700 30°
Multiple unit data (RCR 1) Multiple unit data (RCR 1) Multiple unit data (RCR 1)
Spacing Initial Watts Spacing Initial Watts Spacing Initial Watts
on center footcandles per sq ft on center footcandles per sq ft on center footcandles per sq ft
4 35 2.31 4 35 3.38 4 31 3.38
5' 24 1.61 5' 24 2.34 5' 21 2.34
6 15 1.03 6' 16 149 6 14 149
24' X 24' x 12" room, workplane 24' X 24' x 12" room, workplane 24' X 24' x 12" room, workplane
2 1/2" above floor, 80/50/20% reflectances 21/2" above floor, 80/50/20% reflectances 2 1/2" above floor, 80/50/20% reflectances

1.88 Philips Lightolier For complete specification information visit www.lightolier.com
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442" x 44" aperture

Lensed halogen MR16 wall washer

How to specify

Ceiling cutout:: 54" x 5 /4"

Ceiling thickness: 2" Max. Trim ke Frame-in kit
C4X4MRL C4X4LVMU
Frame-in kits Type Ballast Input voltage Lamp Wattage Length Width Height Reflector finish White Flange Polished flange
C4X4LVMU  Non-IC Magnetic 120V/277V  MR16 42-65W 15" 1334 772 Clear ‘ cw CLP
CAX4LVET Non-IC Electronic 120V MR16 65W Max. 1434 133/4" 71720 Comfortcleardiffuse  CCOW ccop
C4X4LVE2 Non-IC Electronic 277V MR16 65W Max. 15" 1334" 7172 White WHW NIA

4" x 44" Aperture 37W MR16 IR, 40° FL 44" x 42" Aperture 50W MR16, 40° FL
Reflector trim: CAX4MRL [CLW] Reflector trim: C4X4MRL

Report no.: 3406FR Report no.: 3406FR d -
Lamp: 37W MR16 IR Lamp: 50W MR16
Initial lumens: 840 Initial lumens: 800
Efficiency: 55.1% Efficiency: 55.1% 20D
300 30
Downlight \_/ Wall Wash
Sigde w—/ Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
2' from Wall - 2' On Center 2' from Wall - 2' On Center
O— 22— O—22—O
1 26 25 26 1 25 24 25
§ b 30 28 30 ’g?) b 29 27 29
T 3 24 23 24 T 3 23 22 23
20 4 18 18 18 20 4 17 17 17
3@ 5 14 13 14 Té 5 13 1 3
c 6 " " " c 6 10 10 10
2 7 7 7 7 2 7 7 7 7
I§] 8 6 6 6 g 8 6 6 6
§ 9 5 5 5 8§ 9 5 5 5
8 10 4 4 4 é 10 4 4 4
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442" x 44" aperture

Halogen MR16 adjustable accent

T

How to specify e

—— — ;1\ L[ 3
Trim kit Frame-in kit ‘ i [ ‘
CAX4MRA C4x4LVMU Ceiling cutout:: 5/" x 54"

Ceiling thickness: 2" Max.

Frame-in kits Type Ballast Input voltage Lamp Wattage Length Width Height Reflector finish White Flange Polished flange
CAX4LVMU  Non-IC Magnetic 120V/277V  MR16 42.65W 15" 1334 7172 Clear ‘ CLw CLP
CAX4LVE! Non-IC Electronic 120V MR16 65W Max. 14 3/4" 133/4" 71720 | Comfortdleardiffuse  CCDW CChP
CAXALVE2 Non-IC Electronic 277V MR16 65W Max. 15" 1334" 71720 White WHW NiA

4" x 44" Aperture 44" x 44" Aperture 4" x 44" Aperture

50W MR16, 15° 50W MR16, 25° 50W MR16, 40°

Reflector trim: C4X4MRA Reflector trim: CAX4MRA[CLW] Reflector trim: C4X4MRA

Report no.: 3371FR Report no.: 3372FR Report no.: 3373FR
Lamp: 50W MR16 - 15° 55 Lamp: 50W MR16 - 25° 500 Lamp: 50W MR16 - 40° 500
Initial lumens: 750 Initial lumens: 800 Initial lumens: 800
Efficiency: 80.3% 60’ Efficiency: 77.9% 60 Efficiency: 81.5% 60

2500 1000 1000

3750 1500 1500

5000 200 2000 0 2000 o
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 98 2.0’ 1.7 6' 3.5 36 3.8 3.2 6' 3.5 27 49' 41"
8' 4.6' 55 2.6' 2.3 8' 4.6' 20 5.0' 4.3 8' 4.6' 15 6.5' 5.5
10 5.8 35 3.3 2.8 10 5.8' 13 6.3' 5.3 10 5.8' 10 8.1' 6.8'
12 6.9' 25 39 34 12 6.9' 9 7.5' 6.4' 12' 6.9' 7 9.8 8.2'
15' 8.7' 16 4.9' 4.3' 15' 8.7' 6 94' 8.0 15' 8.7' 4 122" 103
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2' 3.5 170 21" 1.0' 2' 3.5 63 44 1.8 2 3.5 47 64' 24"
3 52 76 31 1.5' 3 572 28 6.6' 2.8' 3 5.2 21 9.6' 3.6
4 6.9' 43 41 2.0' 4' 6.9' 16 8.8' 3.7 4 6.9' 12 129' 47"
6' 104 19 6.2' 29" 6' 104" 7 13.2 5.5 6' 104 5 19.3' 71
8' 139" 1 8.2 3.9 8' 13.9' 4 17.6' 74" 8' 139 3 257" 9.5'

1.90 Philips Lightolier For complete specification information visit www.lightolier.com
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442" x 44" aperture

Halogen MR16 lensed adjustable accent

30° Aiming angle

Horizontal surface Vertical surface

T

How to specify

Trim kit Frame-in kit
FC is initial footcandles at center of beam. Beam Ceiling cutout:: 5" x 54" C4X4MRW C4X4LVMU
length L and beam width W are to where the Ceiling thickness: 2" Max.
candlepower is reduced to 50% of the center beam
candlepower C is the distance to the center of
the beam.
Frame-in kits ~ Type Ballast Input voltage Lamp Wattage Length Width Height Reflector finish White Flange Polished flange
C4X4LVMU  Non-IC Magnetic 120V/277V  MR16 42-65W 15" 13340 71720 Clear ‘ cLw cLp
CAXALVET Non-IC Electronic 120V MR16 65W Max. 14 3/4" 133/4" 7172 Comfortdleardiffuse  CCDW ccbp
C4X4LVE2 Non-IC  Electronic 277V MR16 65W Max, 15" 1334 712 White WHW N/A
42" x 44" Aperture 44" x 44" Aperture 42" x 44" Aperture
50W MR16, 15° 50W MR16, 25° 50W MR16, 40°
Reflector trim: CAX4MRW Reflector trim: C4X4MRW Reflector trim: CAX4MRW
Report no.: 3370FR Report no.: 3369FR Report no.: 3368FR
Lamp: 50W MR16 - 15° 650 Lamp: 50W MR16 - 25°  3q9 Lamp: 50W MR16 - 40° 309
Initial lumens: 750 S Initial lumens: 800 0° Initial lumens: 800 S
Efficiency: 69.6% ¢ Efficiency: 649% Efficiency: 66.4% ¢
1300 €00 600
1950 900 900
2600 1200
30° 1200 30° 30°
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D [ FC L w D C FC L w
6' 3.5 48 2.6' 101" 6' 3.5 22 4.4 3.7 6' 3.5 22 4.9' 41"
8' 4.6' 27 34 2.9' 8' 4.6' 12 59 5.0' 8' 4.6' 12 6.5' 55
10" 5.8' 17 4.3 3.7 10 5.8 8 7.3 6.2' 10 5.8' 8 8.1 6.8'
12 6.9' 12 51 44' 12' 6.9' 5 8.8 74 12' 6.9' 5 9.8' 8.2'
15' 8.7' 8 6.4' 55" 15' 8.7' 3 11.0' 9.3' 15' 8.7' 3 122" 103"
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
6' 3.5 48 2.6' 101" 2' 3.5 38 5.5 2.1 2' 3.5 37 6.4' 24
8' 4.6' 27 34 29 3 52 17 8.2' 3.2 3 52 17 9.6' 3.6'
10' 5.8' 17 4.3 3.7 4' 6.9' 9 10.9' 4.3' 4' 6.9' 9 129 4.7'
12' 6.9' 12 51 44' 6 104 4 164 6.4' 6 104 4 19.3' 71
15' 8.7' 8 6.4' 5.5' 8' 139 2 21.9' 8.6 8' 139 2 25.7' 9.5
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3" aperture

Evolution halogen MR16 downlight

How to specify

Trim kit Erame-in kit C3MRD trim with C3LV

frame-in kit shown above. Ceiling cutout: 3 1/2"
C3MRD c3Lv
Frame-in kits Type Ballast Input voltage Lamp  Wattage Length  Width Height White Polished

Reflector finish flange flange Flangeless

C3Lv Non-IC Magnetic 120V7277V. MR16  42W-65W 14 3/8" 1211/16" 5"
C3LVE1 Non-IC Electronic 120V MR16  65W Max. 141/4" 1211/16" 5"
C3LVE2 Non-IC Electronic 277V MR16  65W Max. 141/4" 1211716 5" Ef::{m dear diffuce ch:\gvv EEPDP EEFJFT
C3ALV Non-IC AirSeal  Magnetic 120V/277V MR16  42W-65W 14 3/8" 9 9/16 5" Champagne bronze cCZW  CcCzp CCZFT
C3ALVE1 Non-IC AirSeal  Electronic 120V MR16  65W Max. 143/8" 9 9/16" 5" Gold GDW GDP GDFT
C3ALVE2 Non-IC AirSeal  Electronic 277V MR16  65W Max. 143/8" 9 9/16" 5" White WHW N/A WHET
C3AICLV IC AirSeal Magnetic 120V MR16  20W-50W 22 3/8" 101/8" 9" Black BKW BKP BKET
C3AICLVE1 IC AirSeal Electronic 120V MR16  50W Max. 223/8" 101/8" 9"

* Flangeless installations require CA3FMR flangeless
trim ring accessory.

3" Aperture 37W MR16 IR, 40° FL
Reflector trim: C3MRD [CLW]

3" Aperture 50W MR16 IR, 40° FL
Reflector trim: C3MRD

Report no.: 2741FR Report no.: 26429FR
Lamp: 37W MR16 IR 550 Lamp: 50W MR16 IR 250
40° Flood 40° Flood
Initial lumens: 840 60°, Initial lumens: 1125 60°
Efficiency: 68.7% 1100 Efficiency: 68.8% 1500
Spacing: 04 Spacing: 04
1650 2250
2200 30 3000 30°
Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles Diameter lighted plane foot-candles Diameter
4 124 4 158 1"
6 56 6 74 2'
8' 31 8' 42 3
10' 20 10' 27 4

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

1.92 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

3" aperture

Evolution halogen MR16 adjustable accent

30° Aiming angle
Horizontal surface Vertical surface

i

FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the

How to specify
C3MRA trim with C3LV

candlepower is reduced to 50% of the center beam . Trim kit Frame-in kit
. . frame-in kit shown above. Ceiling cutout: 3 1/2"
candlepower C is the distance to the center of
the beam C3MRA c3Lv
Frame-in Input White Polished
kits Type Ballast voltage Lamp  Wattage Length  Width Height | Reflector finish flange flange Flangeless
GLEL NG Hememc MOV VRIE ewhm 4w pine s O cw e a
C3LVE2 Non iC E\ewomc 277V MR16 Zﬁa max' 1414 12116 5 Comfort clear diffuse - CCDW CCDP CCDFT
C3ALY Nom C ArSeal  Hagnete  100VI277V 16 aWesw 143 9916 5 Champagne bronze  CCZW  CCZR - CCZFT
C3ALVE1 NonilC Aerea\ E\agnetlc 120V m;: 65§v\/_f’|5w 14 3/8"  99/16" 5" cold cbw GbP CDFT
C3ALVE2 Non>IC A!rSea\ E\edron}c 277V o 14 3/8"  99/16" " White WHW N/A WHFT
on- irSeal ectror.ﬂc 77 MR16  65W Max. 3/8 /16 5 Black BKW BKP BKET
C3AICLV IC AirSeal Magnetic 120V MR16  20W-50W 22 3/8" 101/8" 9"
C3AICLVET IC AirSeal Electronic 120V MR16 ~ 50W Max. 223/8" 101/8" 9" * Flangeless installations require CA3FMR flangeless
trim ring accessory.
3" Aperture 50W MR16, 15° SP 3" Aperture 50W MR16, 25° NFL 3" Aperture 50W MR16, 40° FL
Reflector trim: C3MRA Reflector trim: C3MRA Reflector trim: C3MRA

Report no.: 2712FR Report no.: 2708FR Report no.: 2709FR
Lamp: 50W MR16 - 15° 1750 Lamp: 50W MR16 550 Lamp: 50W MR16 450
Max tilt: 45° - 25°Narrow Flood - 40°Narrow Flood N
Initial lumens: 750 0 Max tilt: 45° %0 Maxtilt: 45° &
Luminare beam: 13° 3500 Initial lumens: 800 1100 Initial lumens: 800 900
Luminare beam: 28° Luminare beam: 35°

5250 1650 1350

7000 0 2200 20 1800 20
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D (o] FC L w D C FC L w D C FC L w
6' 3.5 133 31 2.7 6' 3.5 Bl 4.1 3.5 6' 3.5 40 52 44'
8' 4.6' 75 42" 3.6' 8' 4.6' 23 54 4.6' 8' 4.6' 23 7.0 5.8'
10 5.8 48 52 4.5' 10' 5.8' 15 6.8' 5.8' 10 5.8' 15 8.7' 7.3'
12 6.9' 33 6.3' 54 12' 6.9' 10 8.1 59' 12 6.9' 10 104 8.7'
15' 8.7' 21 79' 6.7" 15' 8.7' 7 10.2' 8.6' 15' 8.7' 6 13.0 109
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D Cc FC L w D C FC L w
2! 3.5 260 3.5 1.6' 2 3.5 9 49' 2.0' 2 3.5 102 7.2 2.5
3 572 117 53" 2.3 3 5.2 40 74' 3.0' 3 572 45 10.8' 3.8
4 69" 66 7.0" 31 4 6.9' 23 9.8 4.0' 4 6.9' 25 144' 5.0'
6' 104" 29 10.5' 4.7' 6 10.4' 10 14.7' 6.0’ 6' 104" 1 21.6' 7.6'
8' 13.9' 17 14.0' 6.2 8' 139 6 19.6' 8.0' 8' 13.9' 6 28.8' 101
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Downlighting — Professional — Calculite

3" aperture

Evolution halogen MR16 1" pinhole downlight

How to specify

Frame-in kit

Trim kit

C3MRPD c3Lv
Frame-in

kits Type

C3Lv Non-IC
C3LVE1 Non-IC
C3LVE2 Non-IC
C3ALV Non-IC AirSeal
C3ALVE1 Non-IC AirSeal
C3ALVE2 Non-IC AirSeal
C3AICLV IC AirSeal
C3AICLVET IC AirSeal

Ballast

Magnetic
Electronic
Electronic
Magnetic
Electronic
Electronic
Magnetic
Electronic

Input voltage

120V/277V
120V
277V
120V/7277V
120V
277V
120V
120V

S

C3MRPD trim with C3LV
frame-in kit shown above. Ceiling cutout: 3 1/2"

Lamp  Wattage Length  Width Height
MR16  42W-65W 14 3/8" 1211/16" 5"
MR16  65W Max. 14 1/4" 1211/16" 5"
MR16  65W Max. 141/4" 1211/16" 5"
MR16  42W-65W 14 3/8" 9 9/16 5"
MR16  65W Max. 143/8" 9 9/16" 5"
MR16  65W Max. 14 3/8" 9 9/16" 5"
MR16  20W-50W 22 3/8" 101/8" 9"
MR16  50W Max. 223/8" 101/8" 9"

(-

White Polished
Reflector finish flange flange Flangeless*
White WH N/A WHFT
Black BK N/A BKFT
Satin aluminum N/A SIA SAFT

* Flangeless installations require CA3FMR flangeless trim

ring accessory.

17" pinhole 37W MR16 IR, 40° FL

Reflector trim: C3MRPD [CLW]

Reflector trim: C3MRPD

Report no.: 2739FR
Lamp: 37W MR16 IR 400
40° Flood
Initial lumens: 840 60°
Efficiency: 53.5% 800
Spacing: 0.5
1200
1600
30°
Single unit
Height to Initial center beam Beam
lighted plane foot-candles Diameter
4 75 1
6' 42 2!
8' 24 3
10' 15 4

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

1.94

Philips Lightolier

174" pinhole 50W MR16 IR, 40° FL

Report no.: 2720FR
Lamp: 50W MR16 IR
40° Flood 7
Initial lumens: 800 60°
Efficiency: 62.5% 750
Spacing: 0.6
1125
1500
30°
Single unit
Height to Initial center beam Beam
lighted plane foot-candles Diameter
4' 88 1'
6' 89 2'
8' 22 3!
10 14 4'

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

3" aperture

Evolution halogen MR16 1" pinhole adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

C3MRPA [SA | trim with €3LV How to specify

FC is initial footcandles at center of beam. Beam frame-in kit shown above. Ceiling cutout: 3 1/2" Trim kit Frame-in kit

length L and beam width W are to where the

candlepower is reduced to 50% of the center beam C3MRPA c3Lv

candlepower C is the distance to the center of

the beam
Frame-in White Polished
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height | Reflector finish flange flange Flangeless*
c3Ly Non-IC Magnetic  120V277V  MRI6  42W-65W 14 3/8" 12 11/16" 5" Q/h';e \B’EH mﬁ ;’\é:'?
C3LVE1 Non-IC Electronic 120V MR16 ~ 65W Max. 141/4" 1211/16" 5" S ic | N/A SA SAFT
C3LVE2 Non-IC Electronic 277V MR16  65W Max. 141/4" 1211/16" 5" aun aluminum
C3ALV Non-IC AirSeal  Magnetic 120V/7277V - MR16  42W-65W 14 3/8" 9 9/16 5" % . .

Fl | tallat CA3FMRfl less ti

C3ALVEl  Non-IC AirSeal  Electronic 120V MRI6  65W Max. 143/8" 99/16" 5" e oo e aeene requre angeless trm
C3ALVE2 Non-IC AirSeal  Electronic 277V MR16 ~ 65W Max. 14 3/8" 99/16" 5" g 4
C3AICLV IC AirSeal Magnetic 120V MR16 ~ 20W-50W 22 3/8" 101/8" 9"
C3AICLVET IC AirSeal Electronic 120V MR16 ~ 50W Max. 223/8" 101/8" 9"

174" pinhole 37W MR16 IR, 10° SP
Reflector trim: C3MRPA

14" pinhole 50W MR16, 10° SP
Reflector trim: C3MRPA

174" pinhole 50W MR16, 25° NFL
Reflector trim: C3MRPA

.@i.

Report no.: 2740FR Report no.: 2718FR Report no.: 2719FR
Lamp: 37W MR16 1000 Lamp: 37W MR16 1250 Lamp: 50W MR16 400
- 10°Spot - 10°Spot - 25°Narrow Flood

Max tilt: 35° 0% Max tilt: 35° 0% Max tilt: 35° 60’
Initial lumens: 840 2000 Initial lumens: 1125 2500 Initial lumens: 800 800
Luminare beam: 15° Luminare beam: 15° Luminare beam: 26°

3000 3750 1200

4000 20 5000 200 1600 200
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 70 2.1 1.8 6' 3.5 94 2.1 1.8' 6 3.5 94 2 18
8' 4.6' 39 2.8' 24 8' 4.6' 53 2.8 24" 8' 4.6' 53 2.8 24'
10 5.8' 25 3.5 3.0 10 5.8' 34 3.5 3.0 10’ 5.8 34 3.5 3.0
12' 6.9' 17 4.2' 3.6' 12 6.9' 23 4.2' 3.6 12 69 23 4.2' 3.6
15' 8.7' 1 53 4.6' 15' 8.7' 15 5.3 4.6 15' 8.7' 15 5.3 4.6'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2' 3.5 146 2.2 1.1 2 3.5 195 2.2 11 2' 3.5 78 4.4' 1.8
3 52 65 3.3 1.6' 3 572 88 3.3 1.6' 3 52 35 6.6' 2.8'
4 6.9' 37 4.4 20 4 6.9' 49 44 2.1 4' 6.9' 20 8.8' 37
6' 104 16 6.7' 3.2 6' 104" 22 6.7' 3.2 6 104 9 13.2' 5.5'
8' 13.9' 9 8.9 4.2 8' 13.9' 12 8.9 4.2' 8' 139 5 17.6' 74
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Downlighting — Professional — Calculite

How to specify

Trim kit Frame-in kit
C3MRL (ec]AY

Frame-in

kits Type Ballast
C3Lv Non-IC Magnetic
C3LVE1 Non-IC Electronic
C3LVE2 Non-IC Electronic
C3ALV Non-IC AirSeal ~ Magnetic
C3ALVE1 Non-IC AirSeal  Electronic
C3ALVE2 Non-IC AirSeal  Electronic
C3AICLV IC AirSeal Magnetic

C3AICLVET  IC AirSeal

Electronic

3" aperture

Evolution halogen MR16 lensed wall washer

Input voltage Lamp

120V/7277V
120V
277V
120V/277V
120V
277V
120V
120V

MR16
MR16
MR16
MR16
MR16
MR16
MR16
MR16

Wattage

42W-65W
65W Max.
65W Max.
42W-65W
65W Max.
65W Max.
20W-50W
50W Max.

C3MRL trim with C3LV
frame-in kit shown above. Ceiling cutout: 3 1/2"

Length

14 3/8"
14 1/4"
14 1/4"
14 3/8"
14 3/8"
14 3/8"
22 3/8"
22 3/8"

Width

1211/16"
12 11/16"
12 1116"
9916
99/16"
99/16"
10 1/8"
101/8"

White

Height Reflector finish flange
g

. Clear CLW
5" Comfort clear diffuse  CCDW
5" Champagne bronze CcCzw
> Gold GDW
5" White WHW
;" Black BKW
g

Polished
flange

CLP
CCDP
cczp
GDP
N/A
BKP

Flangeless*

CLFT
CCDFT
CCZFT
GDFT
WHFT
BKFT

* Flangeless installations require CA3FMR flangeless trim

ring accessory.

3" Aperture 37W MR16 IR, 40° FL
Reflector trim: C4X4MRL

Report no.: 2774FR

Lamp: 37W MR16 IR
40° Flood

Initial lumens: 840

Downlight
Side

Wall

Multiple units Footcandles on wall

2' from Wall - 2' On Center
O—2—CO

1 3
c 3 12
¥ g 13
D 5 12
; ¢ 10
NG 9
g & 7
E oo 6
a 10 5

1.96  Philips Lightolier

3
7
"
13
12
10
8

7
6
5

3
7
12
13
12
10
9

7
6
5

Wash Side

3" Aperture 50W MR16 IR, 40° FL

Reflector trim: C3MRL

Report no.: 2700FR
Lamp:50W MR16 IR
40° Flood
Initial lumens: 1125

Downlight

Distance from ceiling in feet

Side

200

400

600

800

60°

30 Wall

Multiple units Footcandles on wall

2' from Wall - 2' On Center
O—2—CO

4
10
16
18
16
14
12
10
8
7

3
9
15
17
16
14
"
10
8
7

4
10
16
18
16
14
"
10
8
7

Wash Side

For complete specification information visit www.lightolier.com



3" aperture

Evolution halogen MR16 lensed adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

b

J ]

FC is initial footcandles at center of beam. Beam C3MRW trim with C3LV

Calculite — Professional — Downlighting

How to specify

length L and beam width W are to where the frame-in kit shown above. Ceiling cutout: 3 1/2" Trim kic Frame-in kit
candlepower is reduced to 50% of the center beam C3MRW m C3Lv
candlepower C is the distance to the center of
the beam.
Frame-in White Polished
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height Reflector finish flange flange Flangeless*
C3Lv Non-IC Magnetic 12071277V MR16  42W-65W 14 3/8" 12 11/16" 5"
C3LVE1 Non-IC Electronic 120V MR16  65W Max, 141/4" 1211116 5' Clear . cbw o cth G
. B W o Comfort clear diffuse  CCDW  CCDP CCDFT
C3LVE2 Non-IC Electronic 277V MR16 ~ 65W Max. 141/4" 1211/16" 5 Ch b cczw cCzp CCZFT
C3ALV Non-IC AirSeal Magnetic ~ 120V277V  MR16  42W-65W 14 3/8" 9916 5" c T‘dmpag”e ronze cow cop oot
C3ALVE1 Non-IC AirSeal  Electronic 120V MR16 ~ 65W Max. 14 3/8" 99/16" 5" V\/Oh‘t WHW N/A WHET
C3ALVE2 Non-IC AirSeal  Electronic 277V MR16  65W Max. 14 3/8" 9 9/16" 5" Bl \ke BKW BKP BKET
C3AICLV IC AirSeal Magnetic 120V MR16 ~ 20W-50W 22 3/8" 101/8" 9" ac
C3AICLVET IC AirSeal Electronic 120V MR16  50W Max. 223/8" 101/8 9" * Flangeless installations require CA3FMR flangeless trim
ring accessory.
3" Aperture 50W MR16, 15° SP 3" Aperture 50W MR16, 25° NFL 3" Aperture 50W MR16, 40° FL
Reflector trim: C3MRW Reflector trim: C3MRW Reflector trim: C3MRW
Report no.: 2784FR Report no.:2785FR Report no.:2786FR
Lamp: 50W MR16 875 Lamp: 50W MR16 350 Lamp: 50W MR16 375
15° Spot S 25° NFL 40° FL
Max tilt: 45° 60 Max tile: 45° 0% Max tilt: 45° 60
Initial lumens: 750 1750 Initial lumens: 800 750 Initial lumens: 800 650
Luminare beam: 15° Luminare beam: 30° Luminare beam: 36°
2625 1125 1025
3500 30° 1500 309 1300 300
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
3 3.5 61 21 1.8' 6' 3.5 27 44 3.7 6' 3.5 26 54' 4.5'
8' 4.6' 34 2.8 24 8' 4.6' 15 59' 5.0 8' 4.6' 15 72 6.0'
10" 5.8 22 3.5 3.0' 10 5.8 10 73" 6.2 10 5.8 9 9.0' 7.5
12! 6.9' 15 4.2 3.6' 12 6.9' 7 8.8' 74' 12 6.9' 7 10.8' 9.0'
15' 8.7' 10 5.3' 4.6' 15' 8.7' 4 11.0' 9.3 15' 8.7' 4 13.5' 11.3'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2! 3.5 135 2.2 11" 2! 3.5 75 55 2.1 2! 3.5 89 7.6' 2.6'
3 52 61 3.3 1.6' 3 572 33 8.2' 3.2 3 572 39 114 39'
4! 6.9' 34 4.4 21 4' 6.9' 19 109" 4.3 4' 6.9' 22 15.2' 52
3 104" 15 6.7' 3.2 6' 104" 8 164 6.4' 6' 104" 10 22.8' 7.8
8' 13.9' 9 8.9' 47" 8' 13.9' 5 21.9' 8.6' 8' 13.9' 6 304" 104
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Downlighting —

How to specify

Professional — Calculite

3" aperture

Evolution halogen MR16 Glasslite downlight

C3MRGD trim with C3LV

Trim kit Frame-in kit frame-in kit shown above. Ceiling cutout: 3 1/2"
C3MRGD C3Lv
Frame-in
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height
C3Lv Non-IC Magnetic 120V277V. MR16  42W-65W 14 3/8" 1211/16" 5"
C3LVE1 Non-IC Electronic 120V MR16  65W Max. 14 1/4" 1211/16" 5"
C3LVE2 Non-IC Electronic 277V MR16  65W Max. 141/4" 1211/16" 5"
C3ALV Non-IC AirSeal  Magnetic 120V277V. MR16  42W-65W 14 3/8" 9 9/16 5"
C3ALVE1 Non-IC AirSeal  Electronic 120V MR16  65W Max. 143/8" 9 9/16" 5"
C3ALVE2 Non-IC AirSeal  Electronic 277V MR16  65W Max. 14 3/8" 9 9/16" 5"
C3AICLV IC AirSeal Magnetic 120V MR16  20W-50W 223/8" 101/8" 9"
C3AICLVE1 IC AirSeal Electronic 120V MR16  50W Max. 223/8" 101/8" 9"
3" Aperture 50W MR16, 15° SP 3" Aperture 50W MR16, 25° NFL 3" Aperture 50W MR16, 40° FL
Reflector trim: C3MRGD Reflector trim: C3MRGD Reflector trim: C3MRGD
Report no.: 2724FR Report no.: 2723FR Report no.: 2722FR
Lamp: 50W MR16 IR 1400 Lamp: 50W MR16 IR 500 Lamp: 50W MR16 IR 375
15° Spot 25° Narrow Flood N 40° Flood
Initial lumens: 750 €0 Initial lumens: 800 €0 Initial lumens: 800
Efficiency: 69.7% 2800 Efficiency: 65.1% 1000 Efficiency: 68.0% 750
Spacing: 0.2 Spacing: 0.5 Spacing: 0.6
4200 1500 1125
2000
5600 200 20° 1500 20
Single unit Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles Diameter lighted plane foot-candles Diameter lighted plane foot-candles Diameter
8' 83 1" 4' 107 1' 4' 63 3
10 56 2' 6' 50 2' 6' 30 4
12' 37 3 8' 28 3 8' 18 5'
14' 29 4 10" 18 4 10 " 6'

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

1.98 Philips Lightolier

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

_
—

3" aperture

Evolution halogen MR16 Glasslite adjustable accent

30° Aiming angle

Horizontal surface Vertical surface

&

How to specify

FC is initial footcandles at center of beam. Beam C3MRGA trim with C3LV

length L and beam width W are to where the frame-in kit shown above. Ceiling cutout: 3 1/2" Trim kic Frame-in kit
candlepower is reduced to 50% of the center beam C3MRGA a3
candlepower C is the distance to the center of
the beam

Frame-in

kits Type Ballast Input voltage Lamp  Wattage Length  Width Height

C3Lv Non-IC Magnetic 120V/277V MR16  42W-65W 14 3/8"  1211/16" 5"

C3LVE1 Non-IC Electronic 120V MR16  65W Max. 14 1/4" 1211/16" 5"

C3LVE2 Non-IC Electronic 277V MR16  65W Max. 14 1/4" 1211/16" 5"

C3ALV Non-IC AirSeal  Magnetic 120V/277V MR16  42W-65W 14 3/8" 9 9/16 5"

C3ALVE1 Non-IC AirSeal  Electronic 120V MR16  65W Max. 143/8" 9 9/16" 5"

C3ALVE2 Non-IC AirSeal  Electronic 277V MR16  65W Max. 143/8" 9 9/16" 5"

C3AICLV IC AirSeal Magnetic 120V MR16  20W-50W 22 3/8" 101/8" 9"

C3AICLVE1 IC AirSeal Electronic 120V MR16  50W Max. 223/8" 101/8" 9"

3" Aperture 50W MR16, 15° SP 3" Aperture 50W MR16, 25° NFL 3" Aperture 50W MR16, 40° FL

Reflector trim: C3MRGA Reflector trim: C3MRGA Reflector trim: C3MRGA

=

Report no.: 2711FR Report no.: 2707FR Report no.: 2710FR
Lamp: 50W MR16 1500 Lamp: 50W MR16 500 Lamp: 50W MR16 375
15° Spot 25° Narrow Flood 40° Flood

Max tilt: 45° 60° Max tilt: 45° 607 Max tilt: 45° 607
Initial lumens: 750 3000 Initial Lumens:800 1000 Initial Lumens:800 750
Luminare beam: 13° Luminare beam:25° Luminare beam: 34°

4500 1500 1125

6000 30° 2000 30° 1500 30°
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 107 1.8' 1.6' 6' 3.5 35 3.6' 30 6' 3.5 31 5.0' 4.2'
8' 4.6' 61 24 2.0 8' 4.6' 20 4.8' 41" 8' 4.6' 18 6.7' 5.6
10" 5.8' 39 30 2.6' 10' 5.8' 13 6.0' 51 10' 5.8' 1 8.4 71
12 6.9' 27 3.7 3.2 12 6.9' 9 7.2 6.1' 12! 6.9' 8 101 8.5'
15' 8.7' 18 4.6' 3.9 15' 8.7' 6 9.0' 77" 15' 8.7' 5 12.6' 10.6'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D Cc FC L w D C FC L w D C FC L w
2' 3.5 235 19' 0.9' 2! 3.5 75 4.2 1.8' 2! 3.5 79 6.8' 24
3 52 106 2.8' 14 3 52 33 6.2' 2.7' 3' 52 36 10.2' 3.7
4' 6.9' 60 3.8' 1.8 4' 6.9' 19 8.3' 3.5 4' 6.9' 20 13.6' 4.9'
6' 104 27 57 2.7 6 10.4' 8 12.5' 53 6' 10.4' 9 204" 7.3'
8' 139" 15 7.6' 3.6' 8' 139" 5 16.6' 7 8' 139" 5 27.2' 9.8'
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Downlighting — Professional — Calculite

45" aperture

Evolution halogen MR16 downlight

(L)

How to specify

Frame-in kit

Trim kit
rim ki C4MRD trim with C4LV

C4MRD m C4LVMU frame-in kit shown above. Ceiling cutout: 5 1/16"

Frame-in White Polished
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height Reflector finish flange flange
CALVMU  Non-IC Magnetic  120V277V  MRI6  42W-75W  143/8" 12" 5

CALVE1 Non-IC Electronic 120V MR16  42W-75W 14 1/4" 12" 5 Clear ‘ cbw. - CLp
CALVEIRM  Non-IC Electronic 120V MR16  50W Max. 1158 7" s5iqp  Comfortcleardiffuse  CCDW  CCDP
CALVE2 Non-IC AirSeal  Electronic 277V MR16  42W-75W 14 3/8" 12" 5 Champagne bronze  CCZW  CCZP
C4ALVMU  Non-ICAirSeal Magnetic ~ 120V277V  MR16  42W-75W 143/8" 958" 5 Sfr'“dte \(/SVDF|V\>/\/ EUDAP
CAALVE!  Non-IC AirSeal Magnetic 120V MR16  42W75W 143/8" 958" 5 e TR
C4AICLVMT  IC AirSeal Magnetic 120V MR16  20W-50W 223/8" 101/8" 9"

CAAICLVE!  IC AirSeal Electronic 120V MR16  20W-50W 223/8" 101/8" 9"

42" Aperture 73W MR16, 36° FL
Reflector trim: C4MRD

4" Aperture 50W MR16, 40° FL
Reflector trim: C4MRD

Report no.: 0881FR Report no.: 0931FR
Lamp: 73W MR16 625 Lamp: 50W MR16 550
36° Flood ~ 40° Flood
Initial lumens: 1320 60 Initial lumens: 800 €05
Efficiency: 744 120 Efficiency: 84.3% 1100
%Spacing: 0.6 Spacing: 0.5
1875 1650
2500 30° 2200 30°
Single unit Single unit
Height to Initial center beam Beam Height to Initial center beam Beam
lighted plane foot-candles Diameter lighted plane foot-candles Diameter
4 154 3 4 127 3
6' 64 4 6 57 4
8' 39 5' 8' 32 5
10' 25 6' 10' 21 6

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

1100  Philips Lightolier For complete specification information visit www.lightolier.com



45" aperture

Evolution halogen MR16 adjustable accent

30° Aiming angle
Horizontal surface

FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the
candlepower is reduced to 50% of the center beam

Vertical surface

C4MRA trim with C4LV
frame-in kit shown above. Ceiling cutout: 5 1/16"

candlepower C is the distance to the center of

the beam.
Frame-in
kits Type
C4LVMU Non-IC
C4LVE1 Non-IC
C4LVE1RM Non-IC
C4LVE2 Non-IC AirSeal
C4ALVMU Non-IC AirSeal
C4ALVE1 Non-IC AirSeal
C4AICLVM1  IC AirSeal
C4AICLVE1  IC AirSeal

Ballast

Magnetic
Electronic
Electronic
Electronic
Magnetic
Magnetic
Magnetic
Electronic

Input voltage Lamp  Wattage Length  Width Height
120V/277V. MR16  42W-75W 14 3/8" 12" 5"
120V MR16  42W-75W  141/4" 12" 5"
120V MR16  50W Max. 115/8" 7" 5"1/2"
277V MR16  42W-75W 14 3/8" 12" 5"
120V/277V MR16  42W-75W 14 3/8" 9 5/8" 5"
120V MR16  42W-75W 14 3/8" 9 5/8" 5"
120V MR16  20W-50W 22 3/8" 101/8" 9"
120V MR16  20W-50W 223/8" 101/8" 9"

Calculite — Professional — Downlighting

4.. | ©

How to specify

Trim kit

C4MRA [CLW]

Reflector finish

Clear

Comfort clear diffuse
Champagne bronze
Gold

White

Black

Frame-in kit

C4LVMU

White Polished
flange flange
Clw CLP
CcCbw  CCDP
cczw o cczp
GDW GDP
WHW N/A
BKW BKP

44" Aperture 50W MR16, 15° NSP
Reflector trim: C4MRA

Report no.: 2742FR
Lamp: 50W MR16 1000

15° Narrow

spot flood 2000
Max tilt: 45°
(35° with Remodeler)
Initial lumens: 750 3000
Luminare beam: 17°

4000

4" Aperture 50W MR16, 25° NFL
Reflector trim: C4MRA

Report no.: 2749FR
Lamp: 50W MR16 425
S 25° Narrow Flood S
6 Max tilt: 45° €0
(35° with Remodeler) 80
Initial lumens: 800
Luminare beam: 29° 1275
1700
30° 30°

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 73 2.4 2.1
8' 4.6' 4 3.2 2.8
10 5.8' 26 4.0' 3.5
12 6.9' 18 4.8' 41"
15' 8.7' 12 6.0' 52
30° Aiming angle - Vertical surface

D C FC L w
2' 3.5 171 2.6' 1.2
3 5.2 78 3.8 1.8'
4 6.9' 44 5.1 24
6' 104 20 7.7 3.6
8' 139 1 10.3' 4.8

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 32 4.2 3.6'
8' 4.6' 18 5.6' 4.8'
10' 5.8' 1 7 6.0'
12! 6.9' 8 8.5' 7.2
15' 8.7' 5 10.6' 9.0"
30° Aiming angle - Vertical surface

D C FC L w
2! 3.5 100 52" 21"
3' 52 44 7.8' 31
4' 6.9' 25 104 41"
6' 104" 11 15.5' 6.2
8' 139" 6 20.7" 8.3

4" Aperture 50W MR16, 40° FL
Reflector trim: C4MRA

Report no.: 2750FR
Lamp: 50W MR16 375
40° Flood S

Max tilt: 45° ¢
(35° with Remodeler) 750
Initial lumens: 800
Luminare beam: 35° 1125

1500

30°
30° Aiming angle - Horizontal surface
D C FC L w
6' 3.5 30 52" 44
8' 4.6' 17 7.0' 5.8'
10' 5.8' 1 8.7' 7.3
12' 6.9' 7 104" 8.7'
15' 8.7' 4 13.0' 10.9'
30° Aiming angle - Vertical surface
D C FC L w
2! 3.5 100 7.2' 2.5
3' 52 45 10.8' 3.8
4' 6.9' 25 144 5.0
6' 104" 1 21.6' 7.6'
8' 139" 6 28.8' 101"
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Downlighting — Professional — Calculite

&=

How to specify

Trim kit Frame-in kit
C4MR2 C4LVMU
Frame-in

kits Type Ballast
C4LVMU Non-IC Magnetic
C4LVE1 Non-IC Electronic
C4LVE1IRM Non-IC Electronic
C4LVE2 Non-IC AirSeal  Electronic
C4ALVMU Non-IC AirSeal  Magnetic
C4ALVE1 Non-IC AirSeal  Magnetic
C4AICLVM1  IC AirSeal Magnetic
C4AICLVE1  IC AirSeal Electronic

*#37W Max for C4MRP

Input voltage Lamp

120V/277V
120V
120V
277V
120V/277V
120V
120V
120V

45" aperture

Evolution halogen MR16 2" pinhole adjustable accent

Wattage
MR16  42W-75W
MR16  42W-75W
MR16  50W Max.
MR16  42W-75W
MR16  42W-75W
MR16  42W-75W
MR16  20W-50W
MR16  20W-50W

g

C4MR2 trim with C4LV

frame-in kit shown above. Ceiling cutout: 5 1/16"

Length

14 3/8"
14 1/4"
11 5/8"
14 3/8"
14 3/8"
14 3/8"
22 3/8"
22 3/8"

Width

12"
12"
7n
12"
9 5/8"
9 5/8"
101/8"
10 1/8"

Height

501/

gn

2" Reflector finish White Flange  Polished flange
Clear CLw CLP

Comfort clear diffuse  CCDW CCDP
Champagne bronze CcCzw cczp

Gold GDW GDP

White WHW N/A

Black BKW BKP

2" Aperture 50W MR16 IR 10° SP

Reflector trim: C4MR2

Report no.: 2756FR

Lamp: 50W MR16
10° Spot

Max tilt: 45°

(35° with Remodeler)

Initial lumens: 1125

Luminare beam: 16°

1250

2500

3750

5000

60°

30°

30° Aiming angle - Horizontal surface

D C
6' 3.5 89
8' 4.6' 50
10 5.8' 32
12' 6.9' 22
15 8.7' 14

30° Aiming angle - Vertical surface

D C FC
2' 3.5 185
3 52 84
4' 6.9' 48
6 104' 22
8' 139 12

1102  Philips Lightolier

L w
2.3 19'
3.0 2.6'
3.8 3.2
4.5' 39
57' 4.9'

L w
24 11
3.6 1.7
4.8' 2.2
72 34
9.6' 4.5

2" Aperture 50W MR16 IR 15° SP
Reflector trim: C4MR2

Report no.: 2743FR

Lamp: 50W MR16
15° Spot

Max tilt: 45°

(35° with Remodeler)

Initial lumens: 750

Luminare beam: 14°

1000

2000

3000

4000

60°

30°

30° Aiming angle - Horizontal surface

D C
6' 3.5 70
8' 4.6' 39
10 5.8' 25
12' 6.9' 17
15 8.7' i

30° Aiming angle - Vertical surface

D C FC
2' 3.5 121
3 52 54
4' 6.9' 30
6 104' 13
8' 139 8

L w
2.0' 1.7
2.6' 2.3
3.3 2.8
39' 34
4.9' 4.3'

L w
2.1 1.0'
3 1.5
41" 2.0'
6.2' 29"
8.2' 3.9

2" Aperture 50W MR16, 25° NFL

Reflector trim: C4MR2

Report no.: 2748FR
Lamp: 50W MR16

25° Narrow Flood
Max tilt: 45°
(35° with Remodeler)
Initial lumens: 800
Luminare beam: 25°

425

850

1275

1700

60°

30°

30° Aiming angle - Horizontal surface

D C FC
6' 3.5 31
8' 4.6' 18
10 5.8' i
12' 6.9' 8
15 8.7' 5

30° Aiming angle - Vertical surface

D C FC
2' 3.5 79
3 52 36
4' 6.9' 20
6' 104 9
8' 139 5

L w
3.6 3
4.8' 41"
6.0' 51
7.2 6.1
9.0' 77"

L w
4.2' 1.8
6.2' 2.7
8.3' 3.5
12.5' 5.3
16.6' 71"

For complete specification information

visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

Evolution halogen MR16 adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

1L e 2

(NI
FC is initial footcandles at center of beam. Beam . How to specwfy
length L and beam width W are to where the C4MRP trim with C4LV Trim kit Frame-in kit
. frame-in kit shown above. Ceiling cutout: 5 1/16"
candlepower is reduced to 50% of the center beam
candlepower C is the distance to the center of C4M RP C4LVMU
the beam.
Frame-in
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height 14" Aperture Finish ~ White Flange
CALVMU  Non-IC Magnetic  120V277V  MR16  42W-75W 14 38" 12" 5 e v
C4LVE1 Non-IC Electronic 120V MR16  42W-75W  141/4" 12" 5"
C4LVE1IRM Non-IC Electronic 120V MR16  50W Max. 115/8" 7" 5"1/2"
C4LVE2 Non-IC AirSeal  Electronic 277V MR16  42W-75W 14 3/8" 12" 5"
C4ALVMU Non-IC AirSeal  Magnetic 120V/277V MR16  42W-75W 14 3/8" 9 5/8" 5"
C4ALVE1 Non-IC AirSeal ~ Magnetic 120V MR16  42W-75W 14 3/8" 9 5/8" 5"
C4AICLVM1  IC AirSeal Magnetic 120V MR16  20W-50W 22 3/8" 101/8" 9"
C4AICLVE1  IC AirSeal Electronic 120V MR16  20W-50W 22 3/8" 101/8" 9"

*#37W Max for C4MRP

14" pinhole 37W MR16 IR 10° SP
Reflector trim: C4MRP

17" pinhole 50VW MR16 IR 10° SP
Reflector trim: C4MRP

14" pinhole 50W MR16, 25° NFL
Reflector trim: C4MRP

(= = (= A= (= A=
Report no.: 2758FR Report no.: 2755FR Report no.: 2747FR
Lamp: 37W MR16 425 Lamp: 50W MR16 750 Lamp: 50W MR16 375
10° Spot 10° Spot S 25° Narrow Flood N
Max tilt: 45° 60 Max tilt: 45° €0 Max tilt: 45° €0
(35° with Remodeler) 850 (35° with Remodeler) 1500 (35° with Remodeler) 750
Initial lumens: 840 Initial lumens: 1125 Initial lumens: 800
Luminare beam: 18° 1279 Luminare beam: 18° 2250 Luminare beam: 22° 1125
1700 o 3000 200 1500 200
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 42 2.6' 2.2 6' 3.5 56 2.6' 2.2 6' 3.5 25 31 2.7
8' 4.6' 24 34' 29" 8' 4.6' 32 34 29" 8' 4.6' 14 4.2' 3.6
10" 5.8' 15 4.3' 3.7 10' 5.8' 20 4.3 3.7 10' 5.8' 9 5.2 4.5'
12! 6.9' 10 51 44 12! 6.9' 14 51 44' 12! 6.9' 6 6.3' 54'
15' 8.7' 7 64' 5.5" 15' 8.7' 9 6.4 5.5 15' 8.7' 4 79' 6.7'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2' 3.5 98 27" 1.3 2! 3.5 131 2.7 1.3 2! 3.5 62 3.5 1.6
3 572 45 41" 19 3 572 60 41 19 3 572 28 53" 2.3
4' 6.9' 25 5.5 2.5 4 6.9' 34 5.5 2.5 4 6.9' 16 70" 30
6' 104" 1 8.2 3.8 6' 104" 15 8.2 3.8' 6' 104 7 10.5' 4.7'
8' 139" 6 11.0' 51 8' 139" 9 11.0' 51 8' 139" 4 14.0' 6.2'
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Downlighting — Professional — Calculite

45" aperture

R Evolution halogen MR16 lensed wall washer

g

How to specify C4MRL trim with C4LV
frame-in kit shown above. Ceiling cutout: 5 1/16"

Trim kit Frame-in kit
C4MRL [CLW] C4LVMU
Frame-in White Polished
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height Reflector finish flange flange
CALVMU  Non-IC Magnetic  120V277V  MR16  42W-75W  143/8" 12" 5"

. B " " Clear CLwW CLP
CALVE1 Non-IC Electronic 120V MR16  42W-75W 14 14" 12 5 ‘
CALVEIRM  Non-IC Electronic 120V MR16  50W Max. 115/8" 7" srqjpr | Comfortdleardiffuse  CCDW  CCDP
CALVE2 Non-IC AirSeal  Electronic 277V MR16  42W-75W 14 3/8" 12" 5" Champagne bronze  CCZW  CCZP
CAALVMU  Non-IC AirSeal Magnetic  120V277V  MR16  42W-75W 14 3/8" 95/8" 5" Gold COW - GDP
CAALVE!  Non-IC AirSeal Magnetic 120V MRI6 4W-75W 143/8" 958" 5" White WHW - NA
CAAICLYMI  IC AirSeal Magnetic 120V MRI6  20W-50W 223/8" 101/8" 9" Black Bw - BKP
C4AICLVE!  IC AirSeal Electronic 120V MR16  20W-50W 223/8" 101/8" 9"

4" Aperture 73W MR16, 36° FL 4" Aperture 50W MR16, 36° FL
Reflector trim: C4MRL Reflector trim: C4MRL

Report no.: 0825FR
Lamp: 73W MR16

36° Flood
Initial lumens: 1320

Report no.: 0825FR

Lamp: 50W MR16
36° Flood

Initial lumens: 960

250 250
60° 60°

500 500

/50 /50
Downlight 000 0 ] wal Downlight \1000 307 wai

Side Wash Side Side Wash Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
2' from Wall - 2' On Center 2' from Wall - 2' On Center
O—2—O O— 22—
1 10 8 10 " 8 6 8
3 2 ;1 g ;1 3 15 3 15
' =
a 3 5 > 53 < 3 17 16 17
c 4 0 16 16 16
T 5 19 19 19 T 14 14 14
e & B 15 15 R 11 1
Coon oo
é 8 0 6 g g g' 7 7 7
2 7 g 9 6 6 6
o a

1.104  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

Evolution halogen MR16 adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

‘A4 B »

FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the
candlepower is reduced to 50% of the center beam

C4MRW trim with C4LV
frame-in kit shown above. Ceiling cutout: 5 1/16"

How to specify

candlepower C is the distance to the center of Trim kie Frame-in kit

the beam. C4MRW C4LVMU
Frame-in White Polished
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height Reflector finish flange flange
CALVMU  Non-IC Magnetic  120V277V  MRI6  42W-75W  143/8" 12" 5
CALVE1 Non-IC Electronic 120V MRI6  492W75W  1414" 12" 5 Clear , Ctw  CLP
CALVEIRM  Non-IC Electronic 120V MR16  50W Max. 1158" 7" srqjpr | Comfortdleardiffuse  CCDW  CCDP
CALVE2 Non-IC AirSeal  Electronic 277V MR16  492W75W 143/8" 12" 5 Champagne bronze  CCZW - CCZP
CAALVMU  Non-IC AirSeal Magnetic 120277V MR16  42W-75W 14 3/8" 958" 5" Gold cbw - GDP
C4ALVE!  Non-IC AirSeal Magnetic 120V MRI6  4W-75W 143/8" 958" 5 \B/‘Vatte E\Q\jvw g’é’;
CAAICLYMI  IC AirSeal Magnetic 120V MR16  20W-50W 223/8" 101/8" 9"
CAAICLVE!  IC AirSeal Electronic 120V MR16  20W-50W 223/8" 101/8" 9"

4" Aperture 50W MR16, 15° NSP
Reflector trim: C4MRW

42" Aperture 50W MR16, 25° NFL
Reflector trim: C4MRW

42" Aperture 50W MR16, 40° FL
Reflector trim: CAMRW

1 1 1

Report no.: 2852FR
Lamp: 50W MR16 750

15° Narrow

spot flood
Max tilt: 45° 1500
(35° with Remodeler)
Initial lumens: 750 250
Luminare beam: 16°

3000

60°

30°

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 55 2.3 19'
8' 4.6' 31 3.0 2.6'
10 5.8' 20 3.8 3.2
12' 6.9' 14 4.5' 39
15' 8.7' 9 57 49"
30° Aiming angle - Vertical surface

D C FC L w
2' 3.5 130 2.4 1.1
3 52 60 3.6 1.7'
4' 6.9' 34 4.8' 2.2
6' 104 15 7.2 34
8' 139 8 9.6' 4.5'

Report no.: 2853FR
Lamp: 50W MR16

375
25° Narrow flood
Max tilt: 45°
(35° with Remodeler) 750
Initial lumens: 800
Luminare beam: 29° 1125
1500

60°

30°

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 27 4.2' 3.6
8' 4.6' 15 5.6' 4.8'
10 5.8 10 71 6.0'
12' 6.9' 7 8.5' 72!
15' 8.7' 4 10.6' 9.0'
30° Aiming angle - Vertical surface

D C FC L w
2' 3.5 76 5.2 2.1
3 5.2 34 7.8' 31
4' 6.9' 19 104 41"
6 10.4' 8 155" 6.2
8' 139 5 20.7' 8.3'

Report no.: 2854FR
Lamp: 50W MR16
40° Flood 0

Max tilt: 45° 60°
(35° with Remodeler) 600
Initial lumens: 800
Luminare beam: 35°

900

1200

30°
30° Aiming angle - Horizontal surface
D C FC L w
6' 3.5 24 5.2 44
8' 4.6' 14 7.0' 5.8
10" 5.8' 9 8.7' 7.3
12' 6.9' 6 104 8.7'
15' 8.7' 4 13.0' 10.9'
30° Aiming angle - Vertical surface
D C FC L w
2! 3.5 87 7.2 2.5
3 52 39 10.8' 3.8
4 6.9' 22 144 5.0
6' 104 10 21.6' 7.6'
8' 139" 5 28.8' 101"
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Downlighting —

How to specify

Trim kit Frame-in kit
C4MRGD C4LVMU
Frame-in

kits Type Ballast
C4LVMU Non-IC Magnetic
C4LVE1 Non-IC Electronic
C4LVE1IRM Non-IC Electronic
C4LVE2 Non-IC AirSeal  Electronic
C4ALVMU Non-IC AirSeal  Magnetic
C4ALVE1 Non-IC AirSeal  Magnetic
C4AICLVM1  IC AirSeal Magnetic
C4AICLVE1  IC AirSeal Electronic

Professional — Calculite

45" aperture

Evolution halogen MR16 Glasslite downlight

C4MRGD trim with C4LV
frame-in kit shown above. Ceiling cutout: 5 1/16"

Input voltage Lamp  Wattage Length  Width
120V/277V MR16  42W-75W 14 3/8" 12"
120V MR16  42W-75W 14 1/4" 12"
120V MR16  50W Max. 115/8" 7"
277V MR16  42W-75W 14 3/8" 12"
120V/277V MR16  42W-75W 14 3/8" 9 5/8"
120V MR16  42W-75W 14 3/8" 9 5/8"
120V MR16 ~ 20W-50wW 223/8" 101/8"
120V MR16  20W-50W 22 3/8" 101/8"

Height

g
5
5"1/2"
5
g
5

gn

42" Aperture 73W MR16, 36° FL

Reflector trim: C4MRGD

Reflector trim: C4MRGD

42" Aperture 37W MR16, 40° FL

Reflector trim: C4MRGD

42" Aperture 65W MR16, 40° FL

Report no.: 0884FR
Lamp: 73W MR16 450
36° Flood
Initial lumens: 1320
Efficiency: 659 900
%Spacing: 0.6
1350
1800

Report no.: 0911FR
Lamp: 37W MR16 450
40° Flood
60% Initial lumens: 800
Efficiency: 659 % 900
Spacing: 0.5
1350
1800
30°

Report no.: 0993FR

Lamp: 65W MR16 450
40° Flood
60% Initial lumens: 1100
Efficiency: 67.8 % 900
Spacing: 0.6
1350
1800

30°

60°

30°

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 62
5' 40
6' 28

Based on 75' x 75' x 10' room,
workplane 2 1/2" above floor,
80/50/20% reflectances

1106  Philips Lightolier

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 38
5' 24
3 17

Based on 75' x 75' x 10' room,
workplane 2 1/2" above floor,
80/50/20% reflectances

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 53
5' 34
6' 24

Based on 75' x 75' x 10' room,
workplane 2 1/2" above floor,
80/50/20% reflectances

For complete specification information visit www.lightolier.com




Calculite — Professional — Downlighting

45" aperture

Evolution halogen MR16 Glasslite adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

2

FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the
candlepower is reduced to 50% of the center beam

C4MRGA trim with C4LV
frame-in kit shown above. Ceiling cutout: 5 1/16"

How to specify

: Trim kit Frame-in kit
candlepower C is the distance to the center of
the beam. C4MRGA C4LVMU
Frame-in
kits Type Ballast Input voltage Lamp  Wattage Length  Width Height
C4LVMU Non-IC Magnetic 120V/277V. MR16  42W-75W 14 3/8" 12" 5"
C4LVE1 Non-IC Electronic 120V MR16  42W-75W  141/4" 12" 5"
C4LVE1IRM Non-IC Electronic 120V MR16 ~ 50W Max. 115/8" 7" 5"1/2"
C4LVE2 Non-IC AirSeal  Electronic 277V MR16  42W-75W 14 3/8" 12" 5"
C4ALVMU Non-IC AirSeal  Magnetic 120V/277V. MR16  42W-75W 14 3/8" 9 5/8" 5"
C4ALVE1 Non-IC AirSeal ~ Magnetic 120V MR16  42W-75W 14 3/8" 9 5/8" 5"
C4AICLVM1  IC AirSeal Magnetic 120V MR16 ~ 20W-50W 22 3/8" 101/8" 9"
C4AICLVE1  IC AirSeal Electronic 120V MR16  20W-50W 22 3/8" 101/8" 9"

4" Aperture 50W MR16, 15° SP

Reflector trim: C4MRGA

42" Aperture 50W MR16, 25° NFL

Reflector trim: C4AMRGA

42" Aperture 50W MR16, 40° FL

Reflector trim: C4AMRGA

Report no.: 2745FR 900 Report no.: 2746FR 400 Report no.: 2753FR 375
Lamp: 50W MR16 Lamp: 50W MR16 Lamp: 50W MR16
15° Spot 60° 25° Narrow flood 60° 40° Flood 60°

Max tilt: 45° 1800 Max tilt: 45° 800 Max tilt: 45° 750
(35° with remodeler) (35° with remodeler) (35% with remodeler)
Initial lumens: 750 2700 Initial lumens: 800 1200 Initial lumens: 800 1125
Luminare beam: 16° Luminare beam: 28° Luminare beam: 34°

3600 1600 1500

30° 30° 30°
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 63 2.3 19' 6' 3.5 30 4.1' 3.5 6' 3.5 27 5.0’ 4.2'
8' 4.6' 36 3.0' 2.6' 8' 4.6' 17 54 4.6' 8' 4.6' 15 6.7' 5.6'
10 5.8' 23 3.8' 3.2 10 5.8 11 6.8' 5.8 10 5.8 10 8.4 71"
12' 6.9' 16 4.5' 39' 12' 6.9' 7 8.1 6.9' 12' 6.9' 7 101 8.5'
15' 8.7' 10 57' 4.9' 15' 8.7' 5 10.2' 8.6' 15' 8.7' 4 12.6'  10.6'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2' 3.5 151 24 1.1 2' 3.5 89 4.9' 2.0’ 2' 3.5 86 6.8' 24
3 52 68 3.6' 17' 3 52 40 74 3.0 3 52 39 102" 3.7
4' 6.9 39 4.8' 2.2 4' 6.9' 23 9.8' 4.0' 4' 6.9' 22 13.6' 4.9'
6' 10.4' 17 72! 34 6' 10.4' 10 14.7' 6.0' 6' 10.4' 10 204" 7.3'
8' 139 10 9.6' 4.5' 8' 13.9' 6 19.6' 8.0' 8' 139 5 272 9.8
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Downlighting — Professional — Calculite

-

How to specify

45" aperture

Evolution incandescent downlight

2]

W T

C4AD trim with 4120

Trim kit Frame-in kit frame-in kit shown above. Ceiling cutout: 5 1/16"
C4AD C4120
Frame-in Input Lamp White  Polished
kits Type voltage Lamp wattage Length  Width Height Reflector finish flange flange
C4120 Non-IC 120V A19, MB19, BT15 100W* Max. 12" 12" 91/2" 7" Clear CLw CLP
C4A120 Non-IC AirSeal 120V A19, MB19, BT15 100W* Max. 12" 12" 91/2" 7" Comfort clear diffuse  CCDW  CCDP
C4AIC IC AirSeal 120V A19, MB19, BT15 75W#* Max. 19" 19" 10 9 1/4" Champagne bronze ~ CCZW CCZP
C4120RM  Non-IC Remodel 120V A19, MB19, BT15 100W* Max. 11 3/4" 11 3/4" 5 3/4" 714" Gold GDW  GDP
White WHW  N/A

* MB19 75W Max with C4ACW and C4ADW
#% MB19 and BT15 60W Max with C4AACW and C4AADW
4" Aperture 100W A19 42" Aperture 75W A19 4" Aperture 100W BT15
Reflector trim: C4AD Reflector trim: C4AD Reflector trim: C4AD
Report no.: 0836FR Report no.: 0836FR Report no.: 0837FR
Lamp: 100W A19 250 Lamp: 75W A19 250 Lamp: 100W BT15 225
Initial lumens: 1600 Initial lumens: 1200 Initial lumens: 1880
Efficiency: 50.8% 60° Efficiency: 50.8% 60° Efficiency: 43.3% 60%
Spacing: 0.8 500 Spacing: 0.8 500 Spacing: 0.9 450

750 750 675

1000 30° 1000 300 900 30°

Multiple unit data — RCR 1

Spacing on
center
4
5
6
7
g

Based on 75' x 75' x 10' room,
workplane 2 1/2" above floor,

Initial

foot-candles

57
36
25
19
14

80/50/20% reflectances

1108  Philips Lightolier

Multiple unit data— RCR 1

Spacing on
center
4
5
6
7
g

Initial

foot-candles

43
27
19
14
"

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 56
5' 36
6' 25
7' 18
8' 14

Based on 75' x 75' x 10' room,
workplane 2 1/2" above floor,
80/50/20% reflectances

For complete specification information visit www.lightolier.com



45" aperture

Evolution incandescent open wall washer

C4AW trim with C4120

Calculite — Professional — Downlighting

How to specify

Trim kit Frame-in kit
frame-in kit shown above. Ceiling cutout: 5 1/16"
C4P30D C4120
Frame-in Input Lamp White  Polished
kits Type voltage Lamp wattage Length  Width Height Reflector finish flange flange
C4120 Non-IC 120V A19, MB19, BT15 100W* Max. 12" 12" 91/2" 7" Clear CLw CLP
C4A120 Non-IC AirSeal 120V A19, MB19, BT15 100W* Max. 12" 12" 91/2" 7" Comfort clear diffuse  CCDW  CCDP
C4AIC IC AirSeal 120V A19, MB19, BT15 75W#* Max. 19" 19" 10 91/4" Champagne bronze cczw - cczp
C4120RM  Non-IC Remodel 120V A19, MB19, BT15 100W* Max. 11 3/4" 11 3/4" 5 3/4" 714" Gold GDW  GDP
White WHW  N/A
* MB19 75W Max with C4ACW and C4ADW
#%MB19 and BT15 60W Max with C4ACW and C4ADW
4" Aperture 100V A19 42" Aperture 75W A19 4" Aperture 1T00W BT15
Reflector trim: C4AW Reflector trim: C4AW Reflector trim: C4AW
Report no.: 0840FR Report no.: 0840FR Report no.: 0789FR
Lamp: 100W A19 Lamp: 75W A19 Lamp: 100W BT15
Initial lumens: 1600 Initial lumens: 1200 Initial lumens: 1800
Efficiency: 56.0% Efficiency: 56.0% Efficiency: 42.6%
Downlight Wall Downlight Wall Downlight \800 307 Wall
Side Wiash Side Side 800 Wash Side Side Wiash Side

Multiple units Footcandles on wall

3' from wall - 3' on center

O— 33—

1 5 4 5
Y 15 14 15
T 3 16 16 16
® g 14 14 14
T 12 12 12
£ ¢ 1 1 g
g 7 10 10 10
g @ 8 8 8
g 7 7 7
z

Multiple units Footcandles on wall

3' from wall - 3' on center

O— 33—

1 3 3 3
g 5 N 10 1
&
< 3 1 12 12
@ 4 10 10 10
T 5 9 9 9
e & 8 8 8
S 7 7 7 7
g g 6 6 6
C
g 9 5 5 5
z

Multiple units Footcandles on wall

3' from wall - 3' on center

O— 33—

1 7 6 7
Y 13 12 13
T 3 14 14 14
® g 13 14 13
T s 13 13 13
£ ¢ 1 1 1
g 7 10 10 10
g @ 9 9 9
g o 8 8 8
z
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Downlighting — Professional — Calculite

45" aperture

Evolution PAR16/20 halogen downlight

41}

\ L. |
<ol |

el P

How to specify

Trim kit Frame-in kit C4P20D trim with C4120
C4P20D 4120 frame-in kit shown above. Ceiling cutout: 5 1/16"
Frame-in Input Lamp White
kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange
C4120 Non-IC 1201277V PAR16, BR19, R20, PAR30  75W Max. 12" 912" 7" Clear cw
PAR20 50W Max Comfort clear diffuse  CCDW
C4A120 Non-IC AirSeal 120V PAR16, BR19, R20, PAR30  75W Max. 12" 912" 7" Champagne bronze  CCZW
PAR20 50W Max Gold GDw
C4AIC IC AirSeal 120V PAR16, BR19, R20, PAR30  75W Max. 19" 10" 91/4"  White WHW
PAR20 50W Max
C4120RM  Non-IC remodel 120V PAR16, BR19, R20, PAR30  75W Max. 11 3/4"  53/4" 71/4"
PAR20 50W Max.

C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.

42" Aperture 75W R20, FL

Reflector trim: C4P20D

44" Aperture 50W PAR20, 30° NFL
Reflector trim: C4P20D

Report no.: 0839FR Report no.: 0838FR
Lamp: 75W R20 125 Lamp: 50W PAR20 375
Initial lumens: 650 30° Narrow Flood
Efficiency: 84.7% 607 Initial lumens: 530 ey
Spacing: 1.1 250 Efficiency: 97.2% 70
Spacing: 0.6
375 1125
500 1500
30° 30°

Multiple unit data — RCR 1 Multiple unit data — RCR 1

Spacing on Initial Spacing on Initial
center foot-candles center foot-candles
4' 48 4' 37
5' 30 5' 24
6' 21 6' 16

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

1.110  Philips Lightolier

Polished
flange

CLP
CCDP
cczp
GDP
N/A

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

Evolution PAR16/20 halogen open wall washer

i How to specify
C4P30D trim with C4120 Trim kit Frame-in kit
frame-in kit shown above. Ceiling cutout: 5 1/16"
C4P30D C4120

Frame-in Input Lamp White Polished
kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange flange
C4120 Non-IC 120V/277V PAR16, BR19, R20, PAR30  75W Max. 12 91/2" 7" Clear CLwW CLP
PAR20 50W Max Comfort clear diffuse ~ CCDW CCDP
C4A120  Non-IC AirSeal 120V PAR16, BR19, R20, PAR30  75W Max. 12" 91/2" 7" Champagne bronze  CCZW cczp
PAR20 50W Max Gold GDhw GDP
C4AIC IC AirSeal 120V PAR16, BR19, R20, PAR30  75W Max. 19" 10" 91/4"  White WHW N/A
PAR20 50W Max
C4120RM  Non-IC remodel 120V PAR16, BR19, R20, PAR30  75W Max. 113/4" 5 3/4" 71/4"
PAR20 50W Max.

C4P20W trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30W trims utilize PAR30 lamps.

44" Aperture 75W PAR30, 40° FL 42" Aperture 50W PAR30, 40° FL

Reflector trim: C4P30D Reflector trim: C4P30D

Report no.: 2001FR Report no.: 2001FR
Lamp: 75W PAR30 875 Lamp: 50W PAR30 875
30° Flood 40° Flood
Initial lumens: 1030 0% Initial lumens: 687 &0
Efficiency: 77.0% 1750 Efficiency: 77.0% 1750
Spacing: 04 Spacing: 0.4
2625 2625
3500 3500
30° 30°
Multiple unit data — RCR 1 Multiple unit data — RCR 1
Spacing on Initial Spacing on Initial
center foot-candles center foot-candles
4 57 4 38
5' 36 5' 24
6' 25 6' 17
Based on 75' x 75' x 10" room, Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor, workplane 2 1/2" above floor,
80/50/20% reflectances 80/50/20% reflectances
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Downlighting — Professional — Calculite

45" aperture

Evolution PAR16/20 halogen adjustable accent

g

r
&f

™~

How to specify

Trim kit Frame-in kit

C4P20A C4120

C4P120 trim with €4120
frame-in kit shown above. Ceiling cutout: 5 1/16"

Frame-in Input Lamp White Polished

kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange flange

C4120 Non-IC 120V PAR16 75W Max. 12" 91/2" 7" Clear CLW CcLP
PAR20 S0W Max Comfort clear diffuse ~ CCDW CCDP

C4A120 Non-IC AirSeal 120V PAR16 75W Max. 12" 91/2" 7" Champagne bronze CCZW cczp
PAR20 50W Max Gold GDW GDP

C4AIC IC AirSeal 120V PAR16 75W Max. 19" 10" 914" White WHW N/A
PAR20 60W Max

C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.

4" Aperture 50W PAR20, 10° NSP 45" Aperture 50W PAR20, 30° NFL 44" Aperture 60W PAR16, 10° NSP

Reflector trim: C4P20A Reflector trim: C4P20A Reflector trim: C4P20A
Report no.: 2760FR Report no.: 2683FR Report no.: 2762FR
Lamp: 50W PAR20 1250 Lamp: 50W PAR20 375 Lamp: 60W PAR16 125
10° Narrow Spot 30° Narrow Flood 10° Narrow Spot

Max tilt: 35° 607 Max tilt: 35° 6% Maxtilt: 35° 607
Initial lumens: 570 2500 Initial lumens: 550 730 Initial lumens: 650 2250
Luminare beam: 7° Luminare beam: 26° Luminare beam: 11°

3750 1125 3375

5000 - 1500 0 4500 -
30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 90 1.1 1.0' 6' 3.5 29 3.8' 3.2 6' 3.5 82 1.5' 1.3"
8' 4.6' 51 1.5 1.3 8' 4.6' 16 5.0' 4.3 8' 4.6' 46 2.1 1.8'
10" 5.8' 32 19' 1.6' 10" 5.8' 10 6.3' 5.3 10" 5.8' 30 2.6' 2.2
12! 6.9' 23 2.2 19' 12! 6.9' 7 7.5' 64' 12! 6.9' 21 31 2.7
15' 8.7' 14 2.8 24" 15' 8.7' 5 94 8.0' 15' 8.7' 13 39' 3.3
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2' 3.5 156 1.1 0.6' 2' 3.5 74 44 1.8' 6' 3.5 157 1.6 0.8'
3 52 69 17" 0.8' 3 52 34 6.6' 2.8' 8' 4.6' 73 24 1.2'
4' 6.9' 39 2.3 1.1 4 6.9' 19 8.8' 3.7 10" 5.8' 41 3.2 1.5
6' 104" 17 34 1.7' 6' 104" 8 13.2 5.5 12 6.9' 19 4.8' 2.3
8' 139" 10 4.5' 2.2 8' 139" 5 17.6' 74 15' 8.7' 10 6.3' 30

1112 Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

Evolution PAR16/20 halogen lensed wall washer 4 '

©¢
I

How to specify

Trim kit Frame-in kit
C4P20L -CLW trim with C4P120
frame-in kit shown above. Ceiling cutout: 5 1/16" C4P20L c4120
Frame-in Input Lamp White Polished
kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange flange
C4120 Non-IC 120V PAR16 75W Max. 12" 912" 7" Clear LW CLP
PAR20 50W Max Comfort clear diffuse ~ CCDW CCDP
C4A120 Non-IC AirSeal 120V PAR16 75W Max. 12" 912" 7" Champagne bronze CCzZW cCczp
PAR20 50W Max Gold GDW GDP
C4AIC IC AirSeal 120V PAR16 75W Max. 19" 10" 914" White WHW N/A
PAR20 60W Max

C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.

42" Aperture 75W PAR16, 30° NFL 42" Aperture 50W PAR20, 30° NFL
Reflector trim: C4P20L Reflector trim: C4P20L

Report no.: 0852FR
Lamp: 75W PAR16

30° Narrow Flood
Initial lumens: 900

Report no.: 0851FR
Lamp: 50W PAR20

30° Narrow Flood
Initial lumens: 530

75

» 60° 60°

150 150

225 225

o aa— 30°
Downlight T 307N wall Downlight Wall
Side 300 Wash Side Side 300 Wash Side
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 2' from Wall - 3' On Center
Oo— 3 —O O— 2 —O

© 1 4 4 4 1 2 2 2
€ o5 10 9 10 £ 5 5 5
c 2 T 2
oo 3 12 " 12 oo 3 7 6 7
< c
= 4 13 12 13 = 4 7 7 7
E 5 " " " ‘E’ 5 6 6 6
S ¢ 9 9 9 £ ¢ 5 5 5
9 7 7 7 7 v 7 4 4 4
E g 3 6 6 E g 3 3 3
8 o 5 5 5 8 o 3 3 3

Comprehensive lighting catalog 7th Edition 1113



Downlighting — Professional — Calculite

How to specify

Trim kit

C4P20GD

Frame-in

kits Type
C4120 Non-IC

Frame-in kit

C4120

Input
voltage

120V

C4A120 Non-IC AirSeal 120V

C4AIC IC AirSeal

C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.

120V

Lamp

PAR16
PAR20
PAR16
PAR20
PAR16
PAR20

45" aperture

Evolution PAR16/20 halogen Glasslite downlight

C4P20GD trim with C4120
frame-in kit shown above. Ceiling cutout: 5 1/16"

Lamp
wattage

75W Max.
50W Max
75W Max.
50W Max
75W Max.
60W Max

Length  Width

12" 912"
12" 912"
19" 10"

42" Aperture 75W PAR16, 30°NFL

Reflector trim: C4MRD

Report no.: 1567FR
Lamp: 75W PAR16 375
30° Narrow Flood
Initial lumens: 900 60
Efficiency: 70.3% 750
Spacing: 0.6
1125
1500
30°
Single unit
Height to Initial center beam Beam
lighted plane foot-candles Diameter
4' 89 3
6' 40 4
8' 22 5'
10' 14 6'

Beam diameter defined as point at

which foot-candles drop to 50% of maximum

1.114  Philips Lightolier

42" Aperture 50W PAR20, 30°NFL

Reflector trim:C4P20GD

Report no.: 1568FR
Lamp: 50W PAR20 30° 375
Narrow Flood
Initial lumens: 530 60
Efficiency: 67.7% 750
Spacing: 0.4
1125
1500
30°
Single unit
Height to Initial center beam Beam
lighted plane foot-candles Diameter
4 82 2'
6 37 3
8' 21 4
10' 13 5'

Beam diameter defined as point at
which foot-candles drop to 50% of maximum

For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

45" aperture

Evolution PAR16/20 halogen Glasslite adjustable accent

30° Aiming angle

Vertical surface

Horizontal surface

C4P20GA trim with €4120 frame-in kit shown above.
frame-in kit shown above. Ceiling cutout: 5 1/16"

FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the
candlepower is reduced to 50% of the center beam

How to specify

candlepower C is the distance to the center of Trim kit Frame-in kit
the beam. C4P20GA C4120
Frame-in Input Lamp
kits Type voltage Lamp wattage Length  Width
C4120 Non-IC 120V PAR16 75W Max. 12" 912"
PAR20 50W Max
C4A120 Non-IC AirSeal 120V PAR16 75W Max. 12" 912"
PAR20 50W Max
C4AIC IC AirSeal 120V PAR16 75W Max. 19" 10"
PAR20 60W Max

C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.

42" Aperture 75W PAR16, 30° NFL 45" Aperture 75W PAR16, 10° NSP 45" Aperture 50W MR20, 10° NSP

Reflector trim: C4P20GA Reflector trim: C4P20GA Reflector trim: C4P20GA

~ \

Report no.: 2834FR Report no.: 2820FR
Report no.: 2835FR Lamp: 75W PAR16 Lamp: 50W MR20
Lamp: 75W PAR16 o 40° Narrow Spot
30° Narrow Flood 312 Max till:o 35Tarmw POt oo Max tilt: 35° P s

Max tilt: 35° 60° Initial lumens: 900 60° Initial lumens: 570 60°
Initial lumens: 900 624 Luminare beam: 10° 3000 Luminare beam: 8° 2250
Luminare beam: 34°

936 4500 3375

1248 6000 4500

30° 30° 30°

30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D C FC L w D C FC L w D C FC L w
6' 3.5 23 5' 4.2' 6' 3.5 97 14 1.2' 6' 3.5 27 5.0 4.2'
8' 4.6' 13 6.7' 5.6' 8' 4.6' 55 1.9' 1.6' 8' 4.6' 15 6.7' 5.6
10' 58' 8 8.4 7 10' 5.8' 36 2.3 2! 10' 58' 10 8.4 7
12 6.9' 6 101" 8.5' 12 6.9' 25 2.8 24" 12 6.9' 7 101" 8.5'
15' 8.7' 4 12,6 10.6' 15' 8.7' 16 3.5 3 15' 8.7' 4 126" 10.6'
30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2! 3.5 82 6.8' 24 2! 3.5 186 14' 0.7' 2! 3.5 140 11 0.6'
3 52 36 10.2' 3.7 3 52 86 2.1 1 3 52 66 1.7 0.8'
4' 6.9' 21 13.6' 4.9' 4' 6.9' 49 29' 14 4' 6.9' 37 2.3 1.1
6' 104" 9 204 7.3 6' 104" 22 4.3 21" 6' 104" 17 34 1.7'
8' 139" 5 27.2" 9.8 8' 139" 12 57' 2.8' 8' 139" 10 4.5' 2.2

Comprehensive lighting catalog 7th Edition
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Downlighting — Professional — Calculite

How to specify

6" aperture

Evolution incandescent downlight

g

Trim kit Frame-in kit C6AD trim with C6120
C6AD C6120 frame-in kit shown above. Ceiling cutout: 6 11/16"
Frame-in Input Lamp White Polished
kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange flange
C6120 EZE_:E AirSeal 120V A19, BT15, MB19 100W Max. 12" 912" 7" Clear CLW CLP
C6A120 IC AirSeal 120V A19, BT15, MB19 100W Max. Comfort clear diffuse  CCDW CCDP
C6AIC Non-IC Dee 120V A19, BT15, MB19 100W Max. 12" 912" 7" Champagne bronze cCzwW cczp
Cé6D120 Non-IC AirSZa\ 120V A21 200W* Max. Gold GDW GDP
C6DA120 Deep 120V A21 200W* Max. 19" 10" 914" White WHW N/A
*
C6DAIC IC AirSeal Deep 120V A21 200W* Max.
C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.
6" Aperture 150W A21 6" Aperture 100W A19 6" Aperture 75W A19
Reflector trim: C6AD Reflector trim: C6AD Reflector trim: C6AD
Report no.: 0833FR Report no.: 0834FR Report no.: 0834FR
Lamp: 150W A21 350 Lamp: 100W A19 250 Lamp: 75W A19 250
Initial Lumens:2780 60° Initial Lumens:1600 60° Initial Lumens:1200 60°
Efficiency: 56.4% 700 Efficiency: 64.3% 500 Efficiency: 64.3% 500
Spacing: 1.0 Spacing: 1.0 Spacing: 1.0
1050 750 750
1400
300 1000 » 1000 -
Multiple unit data — RCR 1 Multiple unit data — RCR 1
Multiple unit data — RCR 1
. i~ Spacing on Initial Spacing on Initial
Spacing on Initial center foot-candles center foot-candles
center foot-candles
4 72 4 54
4 109 5 46 5 35
> 70 6 2 6 24
6 49 7' 24 7' 18
7 36 g 18 8! 14
8 27 Based on 75' x 75' x 10' room, Based on 75' x 75' x 10' room,
Based on 75" x 75" x 10" room, workplane 2 1/2" above floor, workplane 2 1/2" above floor,
workplane 2. 1/2" above floor, 80/50/20% reflectances 80/50/20% reflectances
80/50/20% reflectances
1116  Philips Lightolier For complete specification information visit www.lightolier.com




Calculite — Professional — Downlighting

6" aperture

Evolution incandescent open wall washer

How to specify

Trim kit Frame-in kit
C6AW [CLW C6120
C6AW trim with C6P120 COAW )
frame-in kit shown above. Ceiling cutout: 6 11/16 C6ACW (corner)
C6ADW (double)
Frame-in Input Lamp White Polished
kits Type voltage Lamp wattage Length  Width Height | Reflector finish flange flange
C6120 EO::E AirSeal 120V A19, BT15, MB19 100W Max. 12" 912" 7" Clear CLW CLP
C6AT20 C"A_rSeal < 10v A19, BT15, MB19 100W Max. Comfort clear diffise  CCDW  CCDP
C6AIC N nlfIC D 120V A19, BT15, MB19 100W Max. 12" 912" 7" Champagne bronze ~ CCZW cczp
C6D120 NZM c A_erzga‘ 120V A2 200W* Max. Gold CDW GDP
C6DA120 D : 120V A21 200W* Max. 19" 10" 914" White WHW N/A
C6DAIC eep 120V A21 200W* Max.
IC AirSeal Deep
C4P20D trims utilize PAR16, PAR20, BR19 and R20 lamps. C4P30D trims utilize PAR30 lamps.
6" Aperture 150W A21 6" Aperture 100W A19 6" Aperture 75W A19
Reflector trim: C6AW Reflector trim: C6AW Reflector trim: C6AW
Report no.: 0850FR Report no.: 0900FR Report no.: 0900FR
Lamp: 150W A21 Lamp: 100W A19 Lamp: 75W A19
Initial lumens: 2780 Initial lumens: 1600 Initial lumens: 1200
73 60° 250 60° 188 60°
750l 5001 375)
00 30° - 30°
{125 750 / /]
1500 1000 750
Downlight Wall Wash Downlight WallWash Downlight Wall Wash
Side Side Side Side Side Side

Multiple units Footcandles on wall Multiple units Footcandles on wall Multiple units Footcandles on wall

3' from wall - 3' on center

O— 33—

3' from wall - 3' on center

O— 33—

3' from wall - 3' on center

O— 33—

5 7 13 12 13 BT 6 5 6 BT 5 4 5
€25 23 25 £y 16 15 16 £y 12 1 12
w3 25 23 25 w3 16 15 16 w3 M 1 12
T 4 22 22 22 5 4 13 12 13 = g 10 9 10
S5y 2 21 21 s 2 2 12 s 9 9 9
g & 19 19 19 g & 1 i i g & 8

s 717 16 17 g 7 10 9 10 g 7 8 8 8
5§ g 14 14 14 5 g 9 9 9 5 @ 7 7 7
A 9 12 13 12 A 9 8 8 8 A o 6 6 6
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1

<« 2

How to specify

Trim kit Frame-in kit
C6P30D C6120
Frame-in Input
kits Type voltage
C6120 Non-IC 120V
C6A120 Non-IC AirSeal 120V
C6AIC IC AirSeal 120V
Cé6D120 Non-IC Deep 120V
C6DA120  Non-IC AirSeal 120V
C6DAIC Deep 120V

IC AirSeal Deep

Lamp

PAR 30
PAR 30
PAR 30
PAR 38
PAR 38
PAR 38

6" aperture

Evolution PAR30/38 halogen downlight

€6P30D [CLW] trim with €6120
frame-in kit shown above. Ceiling cutout: 6 11/16"

Wattage Length
75W Max. 12 3/8"
75W Max. 14 3/8"
75W Max. 19"

250W Max. 15 3/8"
250WMax. 151/72"
120W Max. 22 3/8"

Width

121/2"
912"
10"

15 3/4"
12.1/4"
131/2"

White Polished

Height | Reflector finish flange flange
8" Clear CLw CLP

8" Comfort clear diffuse  CCDW CCDP
91/4"  Champagne bronze cCzw cczp
103/8"  Gold GDW GDP
103/8"  White WHW N/A
ez

6" Aperture 75W PAR30, 35° FL

Reflector trim: C6P30D

Report no.: 0867FR
Lamp: 75W PAR30 625
35° Flood
Initial lumens: 1030
Efficiency: 94.7% 1250
Spacing: 0.6
1875
2500

60°

30°

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 70
5 44
6' 31

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

1118  Philips Lightolier

6" Aperture 50W PAR30, 35° FL

Reflector trim: C6P30D

Report no.: 0867FR
Lamp: 50W PAR30 5
35° Flood
Initial lumens: 687
Efficiency: 94.7% 1250
Spacing: 0.6
1875
2500

60°

30°

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4 47
5 29
6' 21

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

For complete specification information visit www.lightolier.com



6" aperture

Evolution PAR30/38 halogen open wall washer

Frame-in
kits

C6120
C6A120
C6AIC
CéD120
C6DA120
C6DAIC

Type

Non-IC

Non-IC AirSeal
IC AirSeal
Non-IC Deep
Non-IC AirSeal
Deep

IC AirSeal Deep

C6P38D [CLW] trim with C6D120
frame-in kit shown above. Ceiling cutout: 6 11/16"

Input
voltage

120V
120V
120V
120V
120V
120V

Lamp

PAR 30
PAR 30
PAR 30
PAR 38
PAR 38
PAR 38

Wattage Length
75W Max. 12 3/8"
75W Max. 14 3/8"
75W Max. 19"

250W Max. 15 3/8"
250WMax. 15 172"
120W Max. 22 3/8"

Calculite — Professional — Downlighting

How to specify

Trim kit Frame-in kit
C6P38D m CéD120
White

Width Height | Reflector finish flange
12172" 8" Clear CLw
912" 8" Comfort clear diffuse  CCDW
10" 9 1/4"  Champagne bronze CcCzw
15 374" 103/8"  Gold GDW
121/4" 103/8"  White WHW
131/2" 114"

Polished
flange

CLP
CCDP
cczp
GDP
N/A

6" Aperture 120W PAR38, 30° FL

Reflector trim: C6P38D

Reflector trim: C6P38D

Report no.: 0863FR
Lamp: 120W PAR38 1400
30° Flood
Initial lumens: 1900
Efficiency: 80.4% 2800
Spacing: 0.5
4200
5600

6" Aperture 90W PAR38, 30° FL

Multiple unit data — RCR 1

Spacing on Initial
center foot-candles
4' 109
5' 70
6' 49

Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances

Report no.: 0863FR
Lamp: 90W PAR38
30° Flood 1400
60° Initial lumens: 1425 60°
Efficiency: 80.4% 2800
Spacing: 0.5
4200
30° 2600 30°
Multiple unit data — RCR 1
Spacing on Initial
center foot-candles
4 82
5' 53
6' 37
Based on 75' x 75' x 10" room,
workplane 2 1/2" above floor,
80/50/20% reflectances
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6" aperture

Evolution PAR30/38 halogen adjustable accent

SRl

C6P30A trim with C6120

frame-in kit shown above. Ceiling cutout: 6 11/16"

How to specify

Trim kit Frame-in kit

C6P30A Ce6120

Frame-in Input White Polished
kits Type voltage Lamp Wattage Length  Width Height | Reflector finish flange flange
C6120 EZ;::E AirSeal 120V PAR 30 75W Max. 123/8"  121/2" 8" Clear CLW CLP
C6A120 IC AirSeal 120V PAR 30 75W Max. 143/8" 912" 8" Comfort clear diffuse  CCDW. CCDP
C6AIC Non—lCeaDee 120V PAR 30 75W Max. 19" 10" 91/4" " Champagne bronze CCZW CcCzP
CéD120 Non-IC AirSP | 120V PAR 38 250W Max. 153/8" 15 3/4" 103/8"  Gold GDW GDP
C6DA120 D:e 4 1ov PAR 38 250WMax. 15172 1214 10 3/8"  White WHW N/A
Cé6DAIC P 120V PAR 38 120W Max. 223/8" 131/2" Oz Black BKW BKP

IC AirSeal Deep

6" Aperture 50W PAR30, 11° SP
Reflector trim: C6P30A

6" Aperture 75W PAR30, 25° NFL
Reflector trim: CéPBOA

6" Aperture 60VW PAR30, 25° NFL
Reflector trim: C6P30A

Report no.: 2788FR
Lamp: 50W PAR30

2000
11° Spot
Max tilt: 35°
Initial lumens: 660 4000
Luminare beam: 11°
6000
8000

60°

30°

30° Aiming angle - Horizontal surface

D C FC L
6' 3.5 128 1.5
8' 4.6' 74 21
10 5.8 48 2.9
12' 6.9' 33 21
15' 8.7' 21 39
30° Aiming angle - Vertical surface
D Cc FC L
2' 3.5 255 1.6'
3 52 123 24
4 6.9' 7 3.2
6' 104 32 4.8'
8' 13.9' 18 6.3'

1.120  Philips Lightolier

w
1.3
1.8'
2.2
2.7
3.3

w
0.8'
1.2
1.5
2.3
31

Report no.: 2766FR
Lamp: 75W PAR30

25° Narrow flood
Max tilt: 35°
Initial lumens: 1130
Luminare beam: 31°

2000

4000

6000

8000

60°

30°

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 38 4.6' 3.8
8' 4.6' 22 6.1 51
10 5.8 14 7.6' 6.4'
12' 6.9' 10 921" 77'
15' 8.7' 6 m4 9.6'
30° Aiming angle - Vertical surface

D Cc FC L w
2' 3.5 109 5.8 2.2
3 52 50 8.7' 33
4' 6.9' 28 11.5' 44
6' 104 13 17.3' 6.7'
8' 139 7 231" 8.9

Report no.: 2766FR
Lamp: 60W PAR30

25° Narrow flood
Max tilt: 35°
Initial lumens: 860
Luminare beam: 31°

500
60°
1000
1500
2000
30°

30° Aiming angle - Horizontal surface

D C FC L w
6' 3.5 38 4.6' 3.8
8' 4.6' 22 6.1 51
10 5.8' 14 7.6' 6.4'
12' 6.9' 10 921" 77'
15' 8.7' 6 m4 9.6'
30° Aiming angle - Vertical surface

D C FC L w
2' 3.5 109 5.8 2.2
3 52 50 8.7' 33
4' 6.9' 28 11.5' 44
6' 104 13 17.3' 6.7'
8' 139 7 231" 8.9

For complete specification information visit www.lightolier.com
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6" aperture

Evolution PAR30/38 halogen Glasslite adjustable accent

30° Aiming angle
Horizontal surface Vertical surface

FC is initial footcandles at center of beam. Beam C6P38A trim with C6D120 frame-in kit shown above. )
length L and beam width W are to where the frame-in kit shown above. Ceiling cutout: 5 1/16" How to specwfy
candlepower is reduced to 50% of the center beam

candlepower C is the distance to the center of Trim ke Frame-in kit

the beam. C4P38A Cé6D120
Frame-in Input White Polished
kits Type voltage Lamp Wattage Length  Width Height | Reflector finish flange flange
C6120 mz:::g AirSeal 120V PAR 30 75W Max. 123/8"  121/2" 8" Clear CLW CLP
C6A120 IC AirSeal 120V PAR 30 75W Max. 143/8" 91/2" 8" Comfort clear diffuse  CCDW CCDP
C6AIC Non-IC Deep 120V PAR 30 75W Max. 19" 10" 914" Champagne bronze CCZW cczp
Cé6D120 Non-IC AirSeal 120V PAR 38 250W Max. 153/8" 15 3/4" 103/8"  Gold GDW GDP
C6DA120 Deep : 120V PAR 38 250WMax. 1512" 12174 10 3/8"  White WHW N/A
C6DAIC 120V PAR 38 120W Max. 223/8" 131/2" 11" Black BKW BKP

IC AirSeal Deep

6" Aperture 100W PAR38 IR, 10° NSP 6" Aperture 100W PAR38 IR, 25° FL 6" Aperture 90W PAR38, 9° NSP

Reflector trim: C4P38A |CLW Reflector trim: C4P38A |CLW Reflector trim: C4P38A |CLW
Report no.: 2790FR Report no.: 2789FR Report no.: 2791FR
Lamp: 100W PAR38 IR 7000 Lamp: 100W PAR38 IR 1750 Lamp: 90W PAR38 IR 5000

10° Narrow 25° Flood 9° Narrow spot

spot flood 60° Max tilt: 40° 60° Max tilt: 40° 60°
Max tilt: 40° 14000 Initial lumens: 2030 3500 Initial lumens: 1310 10000
Initial lumens: 2030 Luminare beam: 22° Luminare beam: 9°
Luminare beam: 11° 21000 5950 15000

28000 200 7000 200 20000 200

30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface 30° Aiming angle - Horizontal surface
D (o] FC L w D C FC L w D C FC L w
6' 3.5 466 1.5' 1.3 6' 3.5 139 31 2.7 6' 3.5 307 1.3 a1
8' 4.6' 268 2.1 1.8 8' 4.6' 79 42" 3.6' 8' 4.6' 177 1.7' 1.5'
10' 5.8' 173 2.6' 2.2 10 5.8 51 52 4.5' 10' 5.8 115 21" 1.8
12! 6.9' 121 31 2.7 12 6.9' 35 6.3' 54 12" 6.9' 80 2.5 2.2
15' 8.7' 78 39 3.3" 15' 8.7' 23 79' 6.7' 15' 8.7 52 3.2 27"
Aiming angle - Vertical surface 30° Aiming angle - Vertical surface 30° Aiming angle - Vertical surface
D C FC L w D C FC L w D C FC L w
2! 3.5 814 1.6' 0.8' 2! 3.5 293 3.5 1.6' 2! 3.5 520 1.3 0.6'
3 52 393 24 1.2 3 52 135 53 2.3 3 52 256 1.9' 09'
4' 6.9' 227 3.2 1.5' 4' 6.9' 77 7.0' 3 4' 6.9' 149 2.6' 1.3
6 104 103 4.8' 2.3 6' 10.4' 34 10.5' 4.7' 6' 104 68 3.8 1.9
8' 13.9' 58 6.3 31" 8' 139 19 14.0' 6.2 8' 13.9' 38 51" 2.5
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6" aperture

Evolution PAR30/38 halogen lensed wall washer

30° Aiming angle
Horizontal surface Vertical surface

How to specify FC is initial footcandles at center of beam. Beam
length L and beam width W are to where the
Trim kit Frame-in kit candlepower is reduced to 50% of the center beam C6P30L rim with €6120
i i frame-in kit shown above. Ceiling cutout: 6 11/16"
C6P30L [CLw C6120 candlepower C is the distance to the center of g
the beam.
Frame-in Input White Polished
kits Type voltage Lamp Wattage Length Width Height Reflector finish flange flange
Cé6120 Non-IC 120V PAR 30 75W Max. 12 3/8" 12172" 8" Clear CLW CLP
C6A120 Non-IC AirSeal 120V PAR 30 75W Max. 14 3/8" 91/2" 8" Comfort clear diffuse  CCDW. CCDP
C6AIC IC AirSeal 120V PAR 30 75W Max. 19" 10" 91/4" Champagne bronze CCZW CcCzZP
Cé6D120 Non-IC Deep 120V PAR 38 120W Max. 15 3/8" 15 3/4" 10 3/8" Gold GDW. GDP
C6DA120 Non-IC AirSeal Deep 120V PAR 38 120WMax. 15172" 121/4" 10 3/8" White WHW N/A
C6DAIC IC AirSeal Deep 120V PAR 38 90W Max. 22 3/8" 131/2" 2 Black BKW BKP

6" Aperture 75W PAR30, 40° FL 6" Aperture 50W PAR30, 40° FL

Reflector trim: C6P30L Reflector trim: C6P30L
Report no.: 0929FR Report no.: 0929FR
Lamp: 75W PAR30 Lamp: 50W PAR30
40° Flood 40° Flood
Initial lumens: 1100 Initial lumens: 660
50 50
60 60
300 300]
450
\450 —
30 30
600_/
——— —
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall - 3' on center 3' from wall - 3' on center
O— 33— O— 33—
51 4 3 4 5 2 2 2
€ o5 10 8 10 £ 6 5 6
éo 3 15 12 15 'éo 3 9 7 9
= g4 17 14 17 = g4 10 8 10
; 5 15 14 15 ; 5 9 8 9
< ¢ 12 12 12 S ¢ 7 7 7
= =
g 7 10 10 10 g 7 6 6 6
5 g 8 8 8 s g 5 5 5
o o
a o 6 6 6 a o 4 2 4

1122 Philips Lightolier For complete specification information visit www.lightolier.com
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6" aperture

Evolution PAR30/38 halogen lensed wall washer

How to specify

C6P38L trim with C6D120
frame-in kit shown above. Ceiling cutout: 6 11/16"

Trim kit Frame-in kit

cep38L[CW] C6D120

Frame-in Input White Polished
kits Type voltage Lamp Wattage Length Width Height Reflector finish flange flange
C6120 Non-IC 120V PAR 30 75W Max. 12 3/8" 1212" 8" Clear CLW CLP
C6A120 Non-IC AirSeal 120V PAR 30 75W Max. 14 3/8" 91/2" 8" Comfort clear diffuse  CCDW CCDP
C6AIC IC AirSeal 120V PAR 30 75W Max. 19" 10" 914" Champagne bronze CCZW CcCzpP
Cé6D120 Non-IC Deep 120V PAR 38 120W Max. 15 3/8" 15 3/4" 10 3/8" Gold GDW. GDP
C6DA120 Non-IC AirSeal Deep 120V PAR 38 120WMax. 151/2" 121/4" 10 3/8" White WHW N/A
Cé6DAIC IC AirSeal Deep 120V PAR 38 90W Max. 22 3/8" 131/2" A" Black BKW BKP

6" Aperture 120W PAR38, 50° WFL 6" Aperture 90W PAR38, 50° WFL

Reflector trim: C6P38L Reflector trim: C6P38L
Report no.: 0927FR Report no.: 0927FR
Lamp: 120W PAR38 Lamp: 90W PAR38
50° Wide Flood 50° Wide Flood
Initial lumens: 1900 Initial lumens: 1425
60°) 60°)
175 [131
350 263
309 309
52 39
\ \
700 525
Downlight Wall Wash Downlight Wall Wash
Side Side Side Side

Multiple units Footcandles on wall Multiple units Footcandles on wall

3' from wall - 3' on center 3' from wall - 3' on center

O— 3 —O O— 3 —O
49—"3, 1 9 7 9 5 1 7 5 7
< 16 14 20 <y 12 1 12
w3 20 18 20 w3 15 14 15
= 4 19 19 19 £ i. 14 14 14
S oo w7 16 17 S o 0w 12 13
S ¢ 14 14 14 § o 1 1 1
g 7 " gl gl o o 8 8 8
S g 9 9 9 g 7
g 8 § @ 7 7 7
o v 7 7 7 2 o 5 5 5
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How to specify

Trim kit Frame-in kit

C6P36A ceLv

Frame-in

kits Type Transformer
céLv Non-IC Magnetic
C6ALV Non-IC AirSeal Magnetic
C6AICLY IC AirSeal Magnetic

6" aperture

Evolution AR111/ PAR36 halogen adjustable accent

30° Aiming angle
Horizontal surface Vertical surface

FC is initial footcandles at center of beam. Beam

length L and beam width W are to where the

candlepower is reduced to 50% of the center beam

candlepower C is the distance to the center of

the beam.
Imput Lamp
Voltage wattage Length Width
PAR36 (12.0V) 35W-50W
120/277V PAR36 (5.5V)  25W Max. 15 3/4"
ARM1 (12.0V)  35W-75W
PAR36 (12.0V) 35W-50W
120V PAR36 (5.5V)  25W Max. 15 3/4"
ART11 (12.0V)  35W-75W
PAR36 (12.0V) 35W-50W
120V PAR36 (5.5V)  25W Max. 19"

ART11 (12.0V)  35W-75W

C6P36A trim with C6LV
frame-in kit shown above. Ceiling cutout: 6 11/16"

White Polished

Height Reflector finish flange flange
Clear CLlw CLP
91/2" Comfort clear diffuse CCDW CCDP
Champagne bronze cczw cczp
Gold GDW GDP
912" White WHW N/A
10"

6" Aperture 50W AR111, 8° SP

Reflector trim: C6P36A

Report no.: 2795FR

Lamp: 50W AR111 8000
8° Spot
Max tilt: 35°
Initial lumens: 550 16090
Luminare beam: 6°
24000
32000

60°

30°

30° Aiming angle - Horizontal surface
D C FC L w
6' 3.5 437 0.8' 0.7'
8' 4.6' 253 1 1.0'
10 5.8 164 14' 1.2
12' 6.9' 115 17' 1.5'
15' 8.7' 74 2.1 1.8
1.8'Aiming angle - Vertical surface

D C FC L w
2' 3.5 732 0.8' 04'
3 5.2 371 13 0.6'
4 6.9' 218 1.7 0.8'
6 104" 100 2.5 1.3
8' 13.9' 57 34 1.7

1124  Philips Lightolier

6" Aperture 50W PAR36, 6° NSP

Reflector trim: C6P36A

Report no.: 2794FR

Lamp: 50W PAR36 3500
6° Narrow Spot

Max tilt: 35°

Initial lumens: 700

Luminare beam: 7°

7000

10500

14000

60°

30°

30° Aiming angle - Horizontal surface
D C FC L w
6' 3.5 197 1.0' 0.8'
8' 4.6' 114 13 (s
10 5.8' 74 1.6' 14'
12 6.9' 52 2.0’ 17'
15' 8.7' 33 2.4 2.1
1.8'Aiming angle - Vertical surface

D C FC L w
2' 3.5 353 1.0' 0.5'
3 5.2 176 1.5' 0.7'
4 6.9' 103 2.0’ 1.0'
6 104 47 3.0 1.5
8' 13.9' 27 4.0' 2.0'

For complete specification information visit www.lightolier.com
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Evolution

Options and accessories

Compact fluorescent conversion kit Converts previously installed incandescent
Frame-In Kits to optically correct triple tube compact fluorescent downlights, without the
cost of rewiring or reworking the ceiling. Calculite conversion kits properly position the

standard (not self ballasted) lamp above the ceiling for effective glare control. Precise optics,
thermal engineering and electronic ballasts assure high light output. Separate ballast attaches
to the previously installed frame. Socket cup snaps onto fluorescent reflectors for correct CA3FMR 3" Evolution flangeless

lamp focus. Electronic Ballast for 120 volts only. Soft, non-pulsating starting down to 0°F. trim accessory Ring
o

Machined aluminum accessory ring (ordered
separately) is used with 3" aperture flangeless
trims (FT suffix) to provide a flush custom

45" Aper‘tur‘e, IC conversion kit installation. After the frame-in kit is installed, the
18 Watt Triple Tube flangeless ring is inserted into the ceiling opening
and the flange is plastered over, feathered, sanded
and finished.
Shown with
g 8011 Series
® Trim & Frame ) o
o Pinhole finishes

For photometric information, see f I,T )
separate trim specification sheets. h -

How to SPeCIf)'i SA Satin aluminum

Frame Conversion Kit Trim Description . o
C4AIC  C4CFL18 8011 Vertical Triple Tube Downlight Satin Aluminum, knife-edged pinhole aperture
C4AIC  C4CFL18 8011WW  Vertical Triple Tube Wall Washer with matching flange.

Note: Also compatible with C4120 (Non-IC) and C4A120 (Non-IC Airseal)

6" Aperture, IC conversion kit -

26 or 32 Watt Triple Tube

BK Black

Matte Black, knife-edged pinhole aperture with

Shown with matte white flange.

8021 Series
Trim & Frame

111/4"

For photometric information, see
separate trim specification sheets. -

How to Specify:

Frame Conversion Kit Trim Description WH White

C6DAIC C6CFL32 8021 Vertical Triple Tube Downlight Matte White, knife-edged pinhole aperture with
C6DAIC C6CFL32 8021WW Vertical Triple Tube Wall Washer .

C6DAIC  C6CFL32 8091 Lensed Downlight matching flange.

C6DAIC C6CFL32 8091CB Cross Blade Downlight

C6DAIC C6CFL32 8046 Lensed Wall Washer

C6DAIC C6CFL32 8031 Horizontal Triple Tube Downlight

Note: Also compatible with C6D120 (Non-IC) and C6DA120 (Non-IC Airseal)

Evolution 2" thick ceiling adapters (42" & 6")

C4TCA2 C4TCA C6TCAA C6TCAD
Frames Trims Frames Trims For use with Evolution 6" aperture For use with Evolution 6" aperture
ADJUSTABLE ACCENT fixtures DOWNLIGHT fixtures
C4LVMU C4MRA, C4MR2, C4MRP C4120 CAP20A, C4P20GD, CHP20GA  Compatibility Matrix Compatibility Matrix
C4MRGD, CAMRGA, C4MRW, ; F Tri
C4A120 CAPIOA, C4P20GD, CHP20GA | ames  Trims rames rims
C4AICLVM1  CAMRA, C4MR2, CAMRR colv C6P36A C6120 C6AD, C6P30D, CEAW
CAMRGD, CAMRGA, CAMRW, C4AIC C4P20A, C4P20GD, C4P20GA C6ALY C6P36A CeA120 C6AD, C6P30D, C6AW
C4ALVMU  C4MRA, C4MR2, C4MRR Note: Max Wattage allowed may be restricted CeAICLY CeP36A Cég}jg C(’QB‘ C6E388 Céﬁx
CHMRED CATIRGA, CAHRA vith the use of Thick Celing Adapters SZ@O gzggi EZAIC ’ EZAD‘ g:P;SDV EZAW
CALVE CAMRA, CAMR2, CAMRR See specfication sheets for detal C6D120 C6P38A C6DAIC C6AD, C6P38D, C6AW
C4MRGD, CAMRGA, C4MRW, CEDA120 CEPIBA
CA4LVE2 C4MRA, C4MR2, C4MRP C6AIC* C6P30A
C6DAIC* C6P38A

C4MRGD, CAMRGA, C4MRW - .
*No Thru Circuit Wiring
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474" 6" & 72" aperture

Open downlights - incandescent A lamp

i
= o1 | ul
il 0 O
HOW to Specify A7053 trim with A400 frame-in kit shown above.
Trim kit Frame-in kit
A7053 A400
Frame-in Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage (L) (W) (H)
4" A7053  Open downlight A400 51/16" Non-IC 120V A19, 100W 20"-30"  133/8" 715/16"
6" B7054 Open downlight A400RM 5 1/16" Non-IC Remodeler 120V A19, 100W 20"-30"  133/8"  715/16"
712" C7055  Open downlight B600 69/16" Non-IC 120V A19, T00W « MB19, 100W « A21, 150W 20"-30"  101/4" 95/8"
B6OORM 6 9/16" Non-IC Remodeler 120V A19, 100W « MB19, 100W = A21, 150W 20"-30"  101/4" 95/8"
C700 8" Non-IC 120V A21,150W « A23, 200W « PS25, 300W 20"-30" 11172 121/16"
C700RM 8" Non-IC Remodeler 120V A21,150W = A23, 200W « PS25, 300W 20"-30" 11172 121/16"
White White
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W\ P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD W P No suffix
Champagne bronze ccz W P No suffix
Specular gold GD W\ P No suffix
White WH W N/A No suffix
Black BK W P N/A
Multi-groove MG MG N/A N/A
*Not all finish/flange options are available with all products. Review specification sheet for details.
42" Aperture 75W A19 6" Aperture 150W A21 7" Aperture 200W A23
Reflector trim: A400 Reflector trim: B600 Reflector trim: C7055
100W A19 150W A21
150 450 Clear Alzak 750 Clear Alzak
60° o~
300 900 1500
0 75W A19 1350 2250 200W A23
Clear Alzak 150W A21 Clear Alzak
Clear Alzak
600 1800 —_ 30°\| 3000 30°

Report no.: LOL23108
Lamp: 75W A19
Initial lumens: 1,190
Efficiency: 58.2%

Spacing: 1.2
Multiple unit data
. Initial footcandles at various fixture
Height to spacings. Maximum spacing ratio 1.2
lighted plane pacings. pacing :
4" o.c. 6'o.c. 8'o.c.
6 48 22 -
8' 47 21 12
10' 46 20 11
12' 45 20 11

Based on 60" x 60' room
80/50/20% reflectances

1126  Philips Lightolier

Report no.: [TL11514
Lamp: 150W A21
Initial lumens: 2,880
Efficiency: 72.7%

Spacing: 1.2
Multiple unit data
X Initial footcandles at various fixture
Height to spacings. Maximum spacing ratio 1.2
lighted plane pacings. pacing ’
4'o.c. 6'o.c. 8'o.c.
6' 66 - -
8' 65 36 23
10' 63 35 23
12! 62 34 22

Based on 60' x 60' room
80/50/20% reflectances

Report no.: [TL11516
Lamp: 200W A23
Initial lumens: 4,010
Efficiency: 76.2%

Spacing: 1.3
Multiple unit data
X Initial footcandles at various fixture
Height to spacings. Maximum spacing ratio 1.3
lighted plane pacings. pacing ’
6'o.c. 8'o.c. 10' o.c.
8' 94 52 34
10! 91 51 33
12' 89 50 32
14' 88 49 32

Based on 60' x 60' room
80/50/20% reflectances

For complete specification information visit www.lightolier.com



45" & 6" aperture

Shallow downlights - incandescent A lamp

G7057 trim with G410 frame-in kit shown above.

Aperture  Trim kit Description

4" G7057  Shallow downlight

6" E7059 Shallow downlight
Finish Info 1 Reflector finish
Specular clear CL
Comfort clear N/A
Comfort clear diffuse CCD
Champagne bronze ccz
Specular gold GD
White WH
Black BK
Multi-groove MG

Frame-in Ceiling

kit

G410
G410RM
E610

White
flange

W
N/A

tsssss

Calculite — Professional — Downlighting

-
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How to specify

Trim kit Frame-in kit
G7057 G410
Input Length Width  Height
cutout Type voltage Lamp, maximum wattage L) (W) (H)
516" Non-IC 120V A19,100W 20"-30" 121/2"  55/8"
51/16" Non-IC Remodeler 120V A19, 100W 20"-30" 121/2"  55/8"
69/16" Non-I1C 120V A19,100W = A21, 150W 20"-30" 10 1/4"  57/8"
White
flange Flangeless
P No suffix
N/A N/A
P No suffix
P No suffix
P No suffix
N/A No suffix
P N/A
N/A N/A

*Not all finish/flange options are available with all products. Review specification sheet for details.

42" Aperture 100W A19
Reflector trim: G7057

225
60°
450
675
100W A19
Report no.: [TL31338 900 30°

Lamp: 100W A21
Initial Lumens:1,750
Efficiency: 58.5%
Spacing: 1.1

Multiple unit data

Initial footcandles at various fixture

Height to spacings. Maximum spacing ratio 1.1
lighted plane pacing pacing
4" o.c. 6'o.c. 8'o.c.
6' 71 32 18
8' 69 31 17
10 68 30 17
12' 67 30 17

Based on 60" x 60' room
80/50/20% reflectances

6" Aperture 150W A21
Reflector trim: E7059

I
150W A21
450
60°
900
1350
Reportno.: [TL22532 1890 30°

Lamp: 150W A21
Initial lumens: 2,880
Efficiency: 71.2%
Spacing: 1.2

Multiple unit data

Initial footcandles at various fixture

Iig'::';gdh;;‘e spacings. Maximum spacing ratio 1.2
6 o.c. 8'o.c. 10'o.c.
6 64 36 -
8' 62 35 22
10" 61 35 22
12 60 34 21

Based on 60" x 60' room
80/50/20% reflectances
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Downlighting — Professional — Calculite

45" & 6" aperture

Ellipsoidal downlights - A, T incandescent lamps

How to specify

7

Trim kit Frame-in kit
782 7782 782 trim with 7782 frame-in kit shown above.
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage L) W) (H)
4" 782 Ellipsoidal downlight 7782 51/16" Non-IC 120V A19,100W « MB19, 100W 20"-30" 12" 11172"
A21,150W « A23, 150W
6" 784 Ellipsoidal downlight 7784 61/2" Non-IC 120V A23,200W 20"-30" 140" 127/8"
45" 782 Ellipsoidal downlight 7082 51/16" Non-IC 120V T4, 250W 20"-30" 12" 112"
6" 784 Ellipsoidal downlight 7084 61/2" Non-IC 120V T4, 500W 20"-30" 140" 14 5/8"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCcb W P No suffix
Champagne bronze ccz % P N/A
Specular gold GD W P No suffix
White WH W N/A N/A
Black BK W P N/A
Multi-groove MG MG N/A N/A

*Lensed Downlights available in matte white only
*Not all finish/flange options are available with all products. Review specification sheet for details.

4" Aperture 100W A19 4" Aperture 250W T4 6" Aperture 500W T4
Reflector trim: 782 Reflector trim: 782 Reflector trim: 784
100W A19
225 Clear Alzak 1000
60° 60° 60°
5000
450 2000 Wide Wide
Report no.: ETL385348 Report no.: LOL3537FR Report no.: LOL3596FR
Lamp: 100W A19 675 Lamp: 250W T4 3000 Lamp: 500W T4 1000
Initial lumens: 1,750 Initial lumens: 4,800 Narrow Initial lumens: 10,100 Narrow
Efficiency: 46.5% A Efficiency: 63.9% 30° Efficiency: /1.7% 15000 30°
Spacing: 1.3 90 EY Spacing: 1.4 4000 Spacing: 1
Multiple unit data Multiple unit data Multiple unit data
. Initial footcandles at various fixture . Initial footcandles at various fixture . Initial Footcandles at Various Fixture
Height to spacings. Maximum spacing ratio 1.3 Height to spacings. Maximum spacing ratio 1.3 Height to Spacings. Maximum Spacing Ratio 1.0
lighted plane pacings. pacing ’ lighted plane pacings. pacing ’ lighted plane pacings. pacing ’
4' o.c. 6'o.c. 8'o.c. 4' o.c. 6'o.c. 8'o.c. 4' o.c. 6'o.c. 8'o.c.

6' 48 22 - 6' 51 33 23 6' 126 71 50

8' 47 21 12 8' 50 32 22 8' 124 70 49

10 46 20 11 10 49 31 21 10' 123 69 48

12' 45 20 11 12' 48 30 20 12' 122 68 47

Based on 60" x 60' room Based on 60" x 60' room Based on 60" x 60' room
80/50/20% reflectances 80/50/20% reflectances 80/50/20% reflectances

1128  Philips Lightolier For complete specification information visit www.lightolier.com



Calculite — Professional — Downlighting

7 /2" aperture

Lensed downlights - A incandescent lamp

b
]
] O
0 [ — How to specify
i Trim kit Frame-in kit
7790QD shown above. 7790QD None
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage (L) (W) (H)
712" 7790QD Lensed downlight None 7 3/4" Non-IC 120V A19,100W « MB19, 100W « A21,150W  20"-30"  111/2" 87/8"
712" 7794QD Lensed downlight-shallow None 7 3/4 Non-IC 120V A19, 100W + MB19, 100 20"-30"  111/2" 87/8"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD W P No suffix
Champagne bronze ccz W P N/A
Specular gold GD W P No suffix
White WH W N/A N/A
Black BK W P N/A
Multi-groove MG MG N/A N/A
*Lensed Downlights available in matte white only
*Not all finish/flange options are available with all products. Review specification sheet for details.
7" Aperture 100W A19 7" Aperture 100W A19
Reflector trim: 7790QD Reflector trim:7794QD
150 100W A19 225
60° 60°
300 450
Report no.: [TL390909 450 Report no.: ETL387916 675
Lamp: 100W A19 Lamp: 100W A19 100W A19
Initial lumens: 1,750 Initial lumens: 1,750
Efficiency: 53.5% 600 30° Efficiency: 58% 900 30°
Spacing: 1.3 Spacing: 1.1
Multiple unit data Multiple unit data
. Initial footcandles at various fixture . Initial Footcandles at Various Fixture
Height to spacings. Maximum spacing ratio 1.3 Height to Spacings. Maximum Spacing Ratio 1.1
lighted plane pacings. pacing : lighted plane pacings. pacing :
4 o.c. 6'o.c. 8'o.c. 4 o.c. 6'o.c. 8'o.c.
6' 65 29 16 6' 70 31 -
8' 62 28 16 8' 68 30 17
10' 60 27 15 10' 67 30 17
12 59 26 15 12 66 29 16
Based on 60" x 60" room Based on 60" x 60" room
80/50/20% reflectances 80/50/20% reflectances
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Downlighting — Professional — Calculite

474" 6" & 72" aperture

| : Open downlights - PAR, R, BR halogen lamps

n

3
y

=

T»
<« | Lo © b
How to specify T
Trim kic Frame-in kit 782 trim with 7782 frame-in kit shown above.
A7701
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage L) (W) (H)
4" A7701 Open downlight ~ A400 51/16"  Non-IC 120V PAR16, 75W « R20, 75W « PAR20, 50W  20"-30"  121/2" 7 3/4"
A400RM  51/16" Non-IC Remodeler 120V PAR16, 75W « R20, 75W « PAR20, 50W  20"-30"  121/2" 7 3/4"
6" B7705 Open downlight ~ B600 69/16" Non-IC 120V PAR30, 75W < BR30, 85W 20"-30"  101/4" 107/16"
B60ORM 69/16" Non-IC Remodeler 120V PAR30, 75W « BR30, 85W 20"-30"  101/4" 107/16"
6" B7780 Open downlight ~ B600 69/16"  Non-IC 120V PAR38, 150W 20"-30"  101/4" 11"
B60ORM 69/16" Non-IC Remodeler 120V PAR30, 75W « BR30, 85W 20"-30"  101/4" 11"
712" C7709 Open downlight ~ C700 8" Non-IC 120V PAR38, 250W 20"-30"  107/8" 12"
C700RM 8" Non-IC Remodeler 120V A21,150W « A23,200W « PS25,300W  20"-30"  107/8" 12"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL w P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD w P No suffix
Champagne bronze N/A W P N/A
Specular gold GD W P No suffix
White N/A W N/A N/A
Black BK W P N/A
Multi-groove MG MG N/A N/A
*A7058, B7760 available in multigroove (MG) finish only.
*Not all finish/flange options are available with all products. Review specification sheet for details.
42" Aperture 50W PAR20 NFL 6" Aperture 75W PAR30 FL 7" Aperture 50V PAR38 FL
Reflector trim: A7701 Reflector trim: A7705 Reflector trim: C7709
600 750 1225
60° 60° 60°
1200 1500 2250
50W PAR20 NFL 50W PAR30 FL
Report no.: LOL1902R 1800 Clear Alzak Report no.: 7705 TBP 2250 Clear Alzak Report no.: LOL2713 3675
Lamp: 50W PAR20 Lamp: 75W PAR30 Lamp: 50W PAR38 100W PAR38 FL
Initial lumens: 550 Initial lumens: 1,275 Initial lumens: 2,000 Clear Alzak
Efficiency: 98.2% 2400 30° Efficiency: 93.3% 3000 30° Efficiency: 93.3% 4500 ——_ 30\
Spacing: 0.6 Spacing: 0.6 Spacing: 0.6
Multiple unit data Multiple unit data Multiple unit data
) Initial footcandles at various fixture . Initial footcandles at various fixture . Initial footcandles at various fixture
Height to spacings. Maximum spacing ratio 0.6 Height to spacings. Maximum spacing ratio 0.6 Height to spacings. Maximum spacing ratio 0.6
lighted plane pacings. pacing ' lighted plane pacings. pacing ’ lighted plane pacings. pacing '
4'o.c. 6'o.c. 8'o.c. 4'o.c. 6'o.c. 8'o.c. 4" o.c. 6'o.c. 8'o.c.
6' 81 - - 6' 66 - - 8' 131 - -
8' 79 45 - 8' 66 42 - 10 130 58 -
10' 78 44 28 10' 65 EY) 29 12 129 57 32
12' 77 43 28 12 64 M 29 14' 128 57 32
Based on 60' x 60' room Based on 60' x 60' room Based on 60' x 60' room
80/50/20% reflectances 80/50/20% reflectances 80/50/20% reflectances
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45" & 6" aperture

Open downlights - PAR, BR halogen lamps

Calculite — Professional — Downlighting

How to specify

AT7058MG trim with A400 frame-in kit shown above. Trim kit Frame-in kit
A7058 A400
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage (L) W) (H)
4" Open downlight  A400 51/16" Non-IC 120V PAR30, 75W « BR30, 85W 20"30"  12172"  911/16"
A400RM  51/16" Non-IC Remodeler 120V PAR30, 75W « BR30, 85W 20"-30"  12172" 9 11/16"
6" Open downlight  B600 69/16" Non-IC 120V PAR38, 150W « BR40, 120W 20"-30"  101/8" 111/2"
B600ORM 6 9/16" Non-IC Remodeler 120V PAR38, 150W ¢ BR40, 120W 20"-30"  101/8" 111/2"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD W P No suffix
Champagne bronze N/A W\ P N/A
Specular gold GD W P No suffix
White N/A W N/A N/A
Black BK W P N/A
Multi-groove MG MG N/A N/A

*A7058, B7760 available in multigroove (MG) finish only.
*Not all finish/flange options are available with all products. Review specification sheet for details.
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44" 6" & 7 /2" aperture

Open wall washers - A lamp

How to specify

P7006 trim with P401 frame-in kit shown above.

Trim kit Frame-in kit
P7006 P401
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout  Type voltage Lamp, maximum wattage (L) (W) (H)
4" P7006 Single wall washer P401 51/16"  Non-IC 120V A19, 100W 20"-30" 13" 776"
4" P7007 Corner wall washer P401 51/16"  Non-IC 120V A19, 100W 20"-30" 13" 776"
4" P7008 Double wall washer P401 51/16"  Non-IC 120V A19, 100W 20"-30" 13" 776"
6" R7029 Single wall washer R601 69/16"  Non-IC 120V A19, 100W = A21, 150W 20"-30"  101/4" 9 5/16"
6" R7030 Corner wall washer R601 69/16"  Non-IC 120V A19,100W » A21, 150W 20"-30"  101/4" 9 5/16"
6" R7031 Double wall washer R601 69/16"  Non-IC 120V A19, 100W = A21, 150W 20"-30"  101/4" 9 5/16"
6" T7032 Single wall washer T701 8" Non-IC 120V A21,150W « A23,300W « PS25,300W  20"-30"  111/2" 11"
6" T7033 Corner wall washer T701 8" Non-IC 120V A21,150W » A23,300W « PS25,300W  20"-30"  11.1/2" 11"
6" T7034 Double wall washer T701 8" Non-IC 120V A21,150W « A23,300W « PS25,300W  20"-30"  111/2" 11"
White Polished

Finish Info 1 Reflector finish flange flange Flangeless

Specular clear CL W P No suffix

Comfort clear N/A N/A N/A N/A

Comfort clear diffuse N/A N/A N/A N/A

Champagne bronze N/A N/A N/A N/A

Specular gold N/A N/A N/A N/A

White N/A N/A N/A N/A

Black N/A N/A N/A N/A

Multi-groove N/A N/A N/A N/A

*Not all finish/flange options are available with all products. Review specification sheet for details.

4" Aperture 100W A19 6" Aperture 150W A21 72" Aperture 300W PS25
Reflector trim: P7006[CLW] Reflector trim: R7029[CLW] Reflector trim: T7032 [CLW]

Wall Wash
Downlight ” Downlight
300\ Downhghtmu — 30
Multiple units Footcandles on wall
Multiple units Footcandles on wall Multiple units Footcandles on wall 3' from wall 3' from wall
3' from wall 3' from wall 3' from wall 3' from wall O—4—0O O—6—O

O IO OO O3 O OO g 1 2 28 2 N 19 2
s 1 7 10 7 76 7 g 17 10 7 7 6 7 € 2 36 38 36 27 24 27
g 2 13 12 1B 11 8 M € 5 13 o3 N o8 N ® 3 4 M 43 3B 2% 33
E’ 3 14 14 14 1210 12 §° 3 14 14 14 172 10 12 @ 4 46 47 46 36 29 36
T 4 1B 14 13 1M 8 M T o4 13 14 13 M 8 E 5 50 47 50 37 32 37
g 5 10 14 10 10 8 10 g 5 10 14 10 10 8 10 “; 6 49 48 49 37 34 37
"é 6 9 12 9 9 8 9 'ﬁ 6 9 12 9 9 8 9 § 7 45 46 45 32 33 32
g 7 9 12 9 9 6 9 g 7 9 12 9 9 6 9 é 8 40 41 40 28 31 28
a 8 9 10 9 9 6 9 S 8 9 10 9 9 6 9 9 35 37 35 24 28 24
9 9 10 9 9 6 9 9 9 10 9 9 ¢ o9 0 32 34 RN 002 26 0
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Calculite — Professional — Downlighting

6" aperture

Shallow open downlights - A lamps

V7009CLW trim with V611 frame-in kit shown above.

How to specify

Trim kit Frame-in kit
V7009 V611
Frame-in  Ceiling Input Length Width  Height
Aperture  Trim kit Description kit cutout Type voltage Lamp, maximum wattage (L) (W) (H)
6" V7009 Single wall washer-shallow V611 69/16" Non-IC 120V A19,100W « A21, 150W 20"-30"  101/4"  67/8"
6" V7010 Corner wall washer-shallow V611 69/16" Non-IC 120V A19, 100W « A21, 150W 20"-30"  101/4" 67/8"
6" V7011 Double wall washer-shallow V611 69/16" Non-IC 120V A19,100W « A21, 150W 20"-30"  101/4"  67/8"

White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse N/A N/A N/A N/A
Champagne bronze N/A N/A N/A N/A
Specular gold N/A N/A N/A N/A
White N/A N/A N/A N/A
Black N/A N/A N/A N/A
Multi-groove N/A N/A N/A N/A

*Not all finish/flange options are available with all products. Review specification sheet for details.

6" Aperture 100V A21
Reflector trim: V7009

Downlight
3

Multiple units Footcandles on wall

3' from wall 3' from wall
O—3—O O—4—CO
172 14 12 12 10 12
19 22 19 17 14 17
22 24 22 18 16 18
22 26 22 20 16 20
26 26 26 20 20 20
24 22 24 18 18 18
20 22 20 16 16 16
19 20 19 15 14 15
19 20 19 15 14 15
17 20 17 15 14 15

Distance from ceiling in feet
O 0 N oy AW N

N
o
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Downlighting — Professional — Calculite

6" aperture

A Adjustable accent - halogen/incandescent PAR lamps

0 O Q
3 - 3

I @
. [
How to specify I § ol
i
Trim kit Frame-in kit 0 i 3y
AA6[COWV30 PAA6P38D [T
AAG6CLW trim with PAA6P38D frame-in kit shown above.
Lamp,
Input maximum Width Height
Aperture Trim kit Description Frame-in kit Ceiling cutout Type voltage wattage Length (L) (W) (H)
6" AA6CLW30 30 Degree cut cone  PAA6P38D 61116 Non-IC 120V PAR38,250W  20"-30" 17 1/8" 10 5/8"
AA6CLWAS 45 Degree cut cone  PAA6P38D 61116 Non-I1C 120V PAR38,250W  20"-30" 171/2" 10 5/8"
6" AA6CLW30 30 Degree cut cone  PAA6P30S 61116 Non-IC 120V PAR30, 75W 20"-30" 17 1/8" 10 5/8"
AA6CLWAS5 45 Degree cut cone  PAA6P30S 61116 Non-IC 120V PAR30, 75W 20"-30" 171/2" 10 5/8"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD W P No suffix
Champagne bronze N/A N/A N/A N/A
Specular gold GD W P No suffix
White N/A N/A N/A N/A
Black BK W\ P No suffix
Multi-groove N/A N/A N/A N/A
*Not all finish/flange options are available with all products. Review specification sheet for details.
6" Aperture 250W PAR38 SP 6" Aperture 75W PAR30 NFL
Reflector trim: AA6 m 30 Reflector trim: AA6 m 30
Report no.: AA6CLW30 Report no.: AA6CLW30 TBP
Lamp: 250W PAR38 5P 10000 Lamp: 75W PAR30 NFL 1000
Max tilt: AA6CLW30 TBF Max tilt: AA6CL\W30 TBP
Initial lumens: AA6CLW €% Initial lumens: AAGCLW30 TBP €0
Luminaire beam: 10° 20000 Luminaire beam: 27° 2000
30000 3000
40000 30° 4000 30°
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Calculite — Professional — Downlighting

7 /2" aperture

Adjustable accent - halogen/incandescent PAR lamps

Ry

How to specify

AATCLW trim with PAA7P38D frame-in kit shown above.
Trim kit Frame-in kit

AA7 |CLW 30 PAA7P38D

Input Lamp, maximum
Aperture Trim kit Description Frame-in kit Ceiling cutout Type voltage wattage
7" AA7CLW30 30 Degree cut cone  PAA7P38D 81/4" Non-IC 120V PAR38, 250W
AA7CLWA45 45 Degree cut cone  PAA7P38D 81/4" Non-IC 120V PAR38, 250W
7" AA7CLW30 30 Degree cut cone  CDF7P56D 81/4" Non-IC 120V PAR56, 500W
AA7TCLW45 45 Degree cut cone  CDF7P56D 8 1/4" Non-IC 120V PARS56, 500\W
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse CCD W\ P No suffix
Champagne bronze N/A N/A N/A N/A
Specular gold GD W P No suffix
White N/A N/A N/A N/A
Black BK W P No suffix
Multi-groove N/A N/A N/A N/A
*Not all finish/flange options are available with all products. Review specification sheet for details.
72" Aperture 250W PAR38 7" Aperture 500W PAR56
Reflector trim: AA7 [CLW]30 Reflector trim: AA7 [CLW]
Report no.: AA7CLW30 TBP Report no.: AA7CLW30 TBP
Lamp: 250\ PAR38 SP 10000 Lamp: 500W PARS6 25000
Max tilt: AA7CLW30 TBP S Max tilt: AA7CLW30 TBP
Initial lumens: AA7CLW30 TBP & Initial lumens: AA7CLW30 TBP €0
Luminaire beam: 10° 20000 Luminaire beam: 8 X 13° 50000
30000 75000
40000 30° 100000 30°
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Downlighting — Professional — Calculite

7 /2" aperture

Lensed wall washers - halogen/incandescent PAR lamps

) O N)
i o)
ﬁ =1
[
) 0
How to specify
Trim kit Frame-in kic LW7 trim with PLW7P38D frame-in kit shown above.
LW7 PLW7P38D
Lamp,
Input maximum Width Height
Aperture Trim kit Description Frame-in kit Ceiling cutout Type voltage wattage Length (L) (W) (H)
712" w7 Lensed wall washer  PLW7P388 81/4" Non-IC 1207277V PAR38,250W  20"-30" 19 1/8" 1213/32"
Lw7 CDF7P56D 81/4" Non-IC 1207277V PAR56, 500W  20"-30" 19 1/8" 1213/32"
White Polished
Finish Info 1 Reflector finish flange flange Flangeless
Specular clear CL W P No suffix
Comfort clear N/A N/A N/A N/A
Comfort clear diffuse N/A N/A N/A N/A
Champagne bronze N/A N/A N/A N/A
Specular gold N/A N/A N/A N/A
White N/A N/A N/A N/A
Black N/A N/A N/A N/A
Multi-groove N/A N/A N/A N/A

*Not all finish/flange options are available with all products. Review specification sheet for details.

72" Aperture 250W PAR38 72" Aperture 500W PARS6
Reflector trim: W7 Reflector trim: LW7

12 13/32"
Multiple units Footcandles on wall Multiple units Footcandles on wall
3' from wall 3' from wall 3" from wall 3" from wall

O— 31— O—4—O O—3—0O O—4—O
s 1 8 7 8 7 5 7 s 1 19 15 19 17 10 17
€ 2 2 21 2 18 14 18 € 2 37 33 37 3 24 3
© 3 33 32 33 27 22 27 0 3 52 50 52 42 35 42
% 4 37 36 37 30 25 30 % 4 60 59 60 49 42 49
g 5 36 35 36 28 26 28 g 5 60 60 60 48 43 48

2 2

% 6 32 32 3R 25 24 25 o 6 56 56 56 44 41 44
S8 24 24 24 19 18 19 S8 44 45 44 34 34 3
A 10 18 18 18 14 14 14 A 10 35 35 35 27 27 27
122 13 13 13 10 10 10 12 28 28 28 22 22 22
14 N " " 9 9 9 14 24 24 24 19 19 19
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Calculite — Professional — Downlighting

45" aperture

Framing projector - halogen/incandescent T4

778"
» - Ceiling Cutout How to Specwfy
o 9 1/4" Dia. Compl i
plete unit
44 7052QD
Lamp,
Input maximum Width Height Face plate
Aperture Trim kit Description Ceiling cutout Type voltage wattage Length (L) w) (H) finish
412" 7052QD Framing projector 9 1/4" Non-IC 120V T4, 100W 20"-30" 17.1/8" 10 5/8" Matte White
20"-30" 17 172" 10 5/8"
20"-30" 17.1/8" 10 5/8"
20"-30" 171/2" 10 5/8"

Beam coverage and illumination

Vertical plane

Aiming angles: 45° and 60° from horizontal. Shutters fully open for maximum beam coverage.
Distance (D) 24" 30" 36" 42" 48" 54" 60"
Aiming Angle (A) 45°  60°  45°  60° 45° 60° 45° 60° 45° 60° 45° 60° 45°  60°
Distance (C) (Min) 8" 17" 1" 21" 13" 26" 16" 30" 18" 35" 21" 40" 23" 44"
Width (W) (Max) 20" 25" 25" 31" 29" 38" 34" 44" 39" 50" 44" 56" 49" 63"

Length (L) (Max)* 37" 65" 46" 82" 56" 98" 65" 114" 74" 131" 84" 147" 93" 163"
F.C. on Beam Axis 63 22 M 14 28 10 21 7 16 6 13 5 10 4

*Length is to point where illumination drops to 10% of illumination on beam axis.

Example

At a 30" mounting distance (D) and a 45° aiming angle
(A), the Framing Projector will illuminate a rectangular
area 25" wide by 46" high, 11" down from the ceiling,
with the shutters fully open and will provide 41
footcandles on the beam axis.

L““‘*aq
Horizontal plane
Aiming angle: 0° from vertical. Shutters fully open for maximum beam coverage.
Distance (H) 4 5' 6' 7' 8' 9' 10' 1 12
Sides (S) (Max) 41" 51" 61" 7" 81" 91" 101" " 121"
F.C. on Beam Axis 41 27 19 14 " 9 7 6 5

Example

At a 6" mounting height (H) and an aiming angle of

0° from vertical, the Framing Projector will illuminate a
square area 61" by 61" with the shutters fully open and
will provide 19 footcandles on the beam axis. Shutters
may be adjusted to reduce illuminated area.
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How to specify

Complete unit
7065AZ

Aperture Trim kit

6" 7065AZ
6" 7065BK
6" 7018A0
6" 7018A0OBK
9" 7026A0
9" 7026 AOBK

Description

Ceiling mount-black baffle
Ceiling mount-black baffle
Ceiling mount-clear reflector
Ceiling mount-clear reflector
Ceiling mount-clear reflector
Ceiling mount-clear reflector

6" & 9" aperture

Surface halogen/incandescent Cylinders

Input
Color Type voltage

White Non-IC 120/277V
Black Non-IC 120/277V

White 1201277V
Black 1207277V
White 1201277V

Black 1207277V

Lamp, maximum wattage

PAR38, 150W « BR40, 120W « BR30, 65W
PAR38, 150W « BR40, 120W « BR30, 65W
A21, 150W « PAR38, 150W « BR30, 85W
A21,150W « PAR38, 150W  BR30, 85W
PAR38, 250W « BR40, 300W « ER30, 300W
PAR38, 250W « BR40, 300W + ER30, 300W

6" Aperture 150W PAR38
Reflector trim: 7065AZ [CLW]

Report no.: 7065AZ TBP
Lamp: 7065AZ TBP

Initial lumens: 7065AZ TBP
Efficiency: 7065AZ TBP
Spacing: 7065AZ TBP

1138  Philips Lightolier

2250
60°
4500
6750
9000
30°

6" Aperture 100V PAR38

Reflector trim: 7018A0

Report no.: LOL0847FR
Lamp: 100W PAR38 FL
Initial lumens: 1,400
Efficiency: 89.30%
Spacing: 0.4

60°

30°

For complete specification information vis

Length
L
61/8"
61/8"
69/16"
69/16"
9 1/4"
91/4"

Width
(W)

61/8"
61/8"
69/16"
69/16"
91/4"
91/4"

Height
(H)

10 3/4"
10 3/4"
11 5/8"
11 5/8"
13 5/8"
13 5/8"

ightolier.com
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ProSpec Linear

ProSpec Linear combines multiple
adjustable accent lights in a single
rectangular recessed housing, creating

a particularly clean ceiling where a large
number of lighting elements are required.
ProSpec Linear is available in a range of

sizes, lamp options and finishes.
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Recessed linear

A series halogen/incandescent

ProSpec Linear A series is designed to use where minimal source identification and
maximum integration with the ceiling are desired. Ideal applications include perimeter and

center of the store accent lighting. A series offers standard lamp head locking mechanism.

Dimensions

Catalog # Lamp data fze\r/‘\t/ure Cutout Housing
| al PA2M167E 2 MR16, 75W Max. 10" x 5" 111/16" x 63/16" 17 3/8" x 10" x 8 3/4"
8 3/4" ﬂ I I " . E PA3M167E 3 MR16, 75W Max. 15" x 5" 161/16" x 63/16"  243/8" x 10" x 8 3/4"

I e e

Multiple lamp spacing 5" on center
Low voltage MR16 comes standard with electronic transformers

Lamp adjustment

Widthwise  Lengthwise
35° 45°
35° 45°

Dimensions

Line voltage PAR30

Lamp adjustment

Catalog # Lamp data fievr\t/ure Cutout Housing Widthwise  Lengthwise
g 3/4" H UU E PA2P3075 2 PAR30, 75W Max. 12" x 6" 151/16" x 83/16" 21 1/2" x 10" x 8 3/4" 30° 45°
c " PA3P3075 3 PAR30, 75W Max. 18" x 6" 221/16" x 83/16"  301/2" x 10" x 83/4" 30° 45°
Multiple lamp spacing 5" on center
120 Volt supply
Line \/O|t8.g€ PAR38 R Dimensions Lamp adjustment
Catalog # Lamp data Lze\r/'\t/ure Cutout Housing Widthwise Lengthwise
' PA1P3810 1 PAR38, 100W Max. 7" x 7" 8 3/16" x 8 3/16" 153/8" x 10" x 83/4" 30° 40°
834" ) PA2P3810 2 PAR38, 100W Max. 14" x 7" 151/16" x 83/16"  271/2" x 10" x 8 3/4" 30° 40°
! | PA3P3810 3 PAR38, 100W Max, 21" x 7" 22 116" x 83/16"  391/2" x 10" x 83/4" 30° 40°
PA4P3810 4 PAR38, 100W Max. 28" X 7" 291/16" x 83/16"  511/2" x 10" x 834" 307 40°
Multiple lamp spacing 7" on center
120V Supply
|~— Width—] i Length |
O Depth ] [
Ji J @ ﬁ

| \
Aperture F FAP”W@ L"‘

W

Finish/trim and voltage options

Finish/trim options: Add one of the following suffixes for finish and trim options.
BTL Matte black trimless (no flange) WTL Matte white trimless (no flange) BL Matte black with white flange
WL Matte white with white flange Example: PB4P3810 + BL = ProSpec Linear B Series 4-Light, Black with white flange

Voltage options for PA, PB, PE MR16, AR111 or T4/T6 lamping: Add one of the following suffixes for voltage designation.
1=120V or 2 = 277V Example: PA2ZM167EBL = ProSpec Linear A series 1-light, MR16, 75W, electronic transformer, black with white flange, 120V
For magnetic transfers, replace the “E” code with “M". Example: PA2ZM167MBLA1

Accessories: A co mplete filter accessory consists of size and suffix: AF4 + UV = AF4UV.

Size Hex Cell Louvers

AF25 + =21/2" (Use w/MR16 units) AL25HC =2 1/2" Hex cell louver
AF3 + =3 3/4" (Use W/PAR30 units) AL3HC = 3 3/4" Hex cell louver
AF4 + =4 3/4" (Use w/PAR38 units) AL4HC = 4 3/4" Hex cell louver

Diffusion/special filters
UV - Optivex UV reductiont

Color filters (prefix for color filters is ADF-i.e. ADF3)

Primary colors Secondary colors Mixing colors

PF - Perimeter frost RD Red MM Medium magenta SP Surprise pink
SY - 55° Spread lens BL Blue BG Blue green SB Steel blue
LF - Light frost GR Green YG Yellow green DA Daylight color correction

IR - Infra-Red reduction
AS - 5° x 55° Asymmetrical spread
TOptivex UV filters by Bausch & Lomb

Note: When using accessories with MR16 units, lamping is reduced to 50 watts maximum.

MA Medium amber LS Light straw
BA Bastard amber

LP Light pink

1.142
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Recessed linear

B series halogen / incandescent / metal halide

ProSpec Linear B series is designed for increased aiming flexibility. With its flush-mounted media cartridges, it also provides
a sparkle at the ceiling line. The B series is ideal for perimeter accent lighting and higher ceilings where source concealment

is not a concern. B series offers standard lamp head locking mechanism. B series offers optional T4 or T6 lamping.

Low Vo\tage MR16 Dimensions Lamp adjustment
Catalog # Lamp data fie\l;\t/ure Cutout Housing Widthwise Lengthwise
] | | PB2M167E 2 MR16, 75W Max. 10" x 5" 111/16" x 6 3/16" 17 3/8" x 10" x 8 3/4" 45° 45°
g3/4" b i i E{ PB3M167E 3 MR16, 75W Max. 15" x 5" 16 1/16" x 6 3/16" 24 3/8" x 10" x 8 3/4" 45° 45°
L ; ]
e [2AE S A 8
I 0= ==l Multiple lamp spacing 5" on center
Low voltage MR16 comes standard with electronic transformers
Line voltase PAR 30 Dimensions Lamp adjustment
s}
Catalog # Lamp data fie\l;ure Cutout Housing Widthwise  Lengthwise
] PB2P3075 2 PAR30, 75W Max. 12" x 6" 131/16" x 7 3/16" 211/2" x 10" x 8 3/4" 40° 45°
18" x 6" 19 116" x 7 3/16" 30 172" x 10" x 8 3/4" 40° 45°
g 3/4" ﬂ ﬁt"—kﬁ\‘ ﬂ\ E PB3P3075 3 PAR30, 75W Max X X x X
| —
Multiple lamp spacing 6" on center
120V Supply
Line \/O|tage PAR 38 Dimensions Lamp adjustment
Catalog # Lamp data fze\;:;ure Cutout Housing Widthwise  Lengthwise
T PB1P3810 1 PAR38, 100W Max. 7"x7" 8 3/16" x 8 3/16" 153/8"x 10" x 8 3/4"  40° 45°
g 34" | PB2P3810 2 PAR38, 100W Max. 14"x7" 151/16" x 8 3/16" 27 1/2"x 10" x 8 3/4" 40° 45°
3 PB3P3810 3 PAR38, 100W Max. 21"x7" 22 116" x 8 3/16" 391/2"x 10" x 8 3/4" 40° 45°
PB4P3810 4 PAR38, 100W Max. 28"x 7" 29 116" x 8 3/16" 51 1/2" x 10" x 8 3/4" 40° 45°
Multiple lamp spacing 7" on center
120V Supply
Metal halide T4 B Series Dimensions Lamp adjustment
Catalog # Lamp data fze\l"\;ure Cutout Housing Widthwise Lengthwise
] TR o VR < W PB2T420 + 27T4,20W Max. 13" x 61/8" 141/16" x 73/16" 21 3/8" x 10" x 813/16" 30° 40°
10" {I E PB3T420 + 3714, 20W Max. 19 1/2" x 61/8" 209 /16" x 7 3/16" 303/8" x 10" x 8 13/16" 30° 40°
I i I PB4T420 + 4714, 20W Max. 26" x 61/8" 271 /16" x 7 3/16" 39 3/8" x 10" x 813/16" 30° 40°
I== === = PB2T439 + 274,39W Max. 13" x 61/8"  141/16' x 73/16" 21 3/8" x 10" x 813/16" 30° 40°
PB3T439 + 3714, 39W Max. 19 1/2" x 61/8" 209 /16" x 7 3/16" 30 3/8" x 10" x 8 13/16" 30° 40°
PB4T439 + 474, 39W Max. 26" x 61/8" 271 /16" x 7 3/16" 39 3/8" x 10" x 813/16" 30° 40°
PB2T470 + 27T4,70W Max. 13" x 61/8" 141/16" x 73/16" 21 3/8" x 10" x 813/16" 30° 40°
PB3T470 + 3714, 70W Max. 19 1/2" x 61/8" 209 /16" x 7 3/16" 303/8" x 10" x 8 13/16" 30° 40°
PB4T470 + 4 T4, 70W Max. 26" x 61/8" 271 /16" x 7 3/16" 39 3/8" x 10" x 813/16" 30° 40°
Multiple lamp spacing 5" on center 120V Supply
Metal halide Té B Seﬂes Dimensions Lamp adjustment
Catalog # Lamp data fzevr\t/ure Cutout Housing Widthwise  Lengthwise
PB2T639 + 276, 39W Max. 15" x 71/8" 16 1/16" x 8 3/16" 27 3/8" x 10" x 8 13/16" 30° 40°
i | : PB3T639 + 3716, 39W Max. 221/2" x 71/8"239/16" x 8 3/16" 39 3/8" x 10" x 813/16" 30° 40°
10" ﬂ PB4T639 + 476, 39W Max. 301/8" x 71/8"401/16" x 8 3/16" 51 3/8" x 10" x 813/16" 30° 40°
t PB2T670 + 2 T6, 70W Max. 15" x 71/8" 16 1/16" x 83/16" 27 3/8" x 10" x 813/16" 30° 40°
PB3T670 + 376, 70W Max. 221/2" x 71/8"239/16" x 8 3/16" 39 3/8" x 10" x 813/16" 30° 40°
PB4T670 + 476, 70W Max. 301/8" x 71/8"401/16" x 8 3/16" 51 3/8" x 10" x 8 13/16" 30° 40°
Multiple lamp spacing 5" on center 120V Supply
Lamping options
Low voltage Line voltage Metal halide Low voltage Line voltage Metal halide
MR 16 PAR30 PAR38 T4 Té MR 16 PAR30 PAR38 T4 Té
A Series ; é U l—_ﬁj B Series ; é U rﬁl
1 Lamp PA1P3810 1 Lamp PB1P3810 | PB1T4 | PB1T6
2 Lamp PA2M167E | PA2P3075 | PA2P3810 2 Lamp PA2M167E | PB2P3075 | PB2P3810 | PB2T4 | PR2TG
3 Lamp PA3M167E | PA3P3075 | PA3P3810 3 Lamp PASM167E | PB3P3075  PB3P3810 | PB3T4 | pp3Te
4 Lamp PA4P3810 4 Lamp PB4P3810
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Accessories & options

Calculite specification-grade luminaires have
a wide variety of accessories and options
available to meet virtually any architectural
downlighting requirement. Decorative
accessories create visual interest at the
ceiling while maintaining a balance between
architectural form and innovative design.
Sloped ceiling and thick ceiling adaptors
ensure maximum application flexibility,
while color and diffusion filters, louvers
and screens are available to precisely
control and modify light for the most

discerning spaces.

il

\

gﬁ

BNl
N H

/

\

—
- t ————



Comprehensive lighting catalog 7th Edition  1.145



Downlighting — Professional — Calculite

S Vetro glass

Decorative

A definitive design statement utilizing balance and proportions. With uncompromising style
and the look of clean, spare elegance, Vetro Downlights open a world of creative potential.
Designed for stand-out style or a reserved minimal look, the Downlights offer unlimited

scope for a broad variety of applications — all within the same design family.

DO1 series

D01 Series

A solid translucent form with aluminum beveled insert and minimal
satin ring. A clean geometric form combines a solid translucence with
diverging layers and internal reflections to create interest in light.
Subtle light patterns are revealed as light emanates in differing ways
when viewed from different angles. The layered lighting delivers a
contrasting bright with an inner glow offset by the matte satin ring.
Any space is enhanced by placement and position.

D02 series

D02 Series

Solid translucent disk with frosted interior and minimal satin ring.
Light is released in layered complexity from this semi-recessed
luminaire. A solid form of Decorative transparency teamed with
frosted layers and lighting present an elegant look. Light floats
upward to create a soft ceiling wash which adds yet more interest
and definition to a space.

D03 series
D03 Series
Angled double opal glass accessory with satin aluminum ring. The
ultimate in elegance the flared luminaire delivers soft, glowing light
y diffused by frosted opal glass. The setting of satin aluminum adds a
{ ) distinct design element.
D04 series

D04 Series

Opal glass accessory with satin aluminum ring. Perfectly smooth
opalescent cylinder highlights the clean design. A satin aluminum ring
adds to the finely engineered look.

D13 series

D13 Series

Angled double opal glass in angled clear glass with satin aluminum
ring. The striking design of opal encased in clear angled glass creates a
stunning luminaire with exceptional interest. The simple pin supports
on the satin aluminum ring add an understated element to the design.

D14 series

D14 Series

Opal glass in clear glass with satin aluminum ring. The perfectly
illuminated design of opal encased in a layer of clear glass lends an
added element of design for heightened interest. Simple pin supports
on the satin aluminum ring create an understated visual element.

1146  Philips Lightolier For complete specification information visit www.lightolier.com



Hand-fused art glass

Decorative

Decorative Calculite from Philips Lightolier has taken a leadership role in the decorative

arena. Architects, lighting consultants, and interior designers will find a full palette of

decorative downlight elements to satisfy design challenges with an assortment of high quality

hand-fused Art Glass, metals, acrylics and metal finishes.

These signature elements are designed with an ordering and installation process that

addresses the desire for quick delivery and competitive pricing. Decorative Calculite’s

powerful array of shapes, sizes and diverse materials make it easy to incorporate premium

quality lighting elements into virtually any interior design.

Calculite — Professional — Downlighting

DS Glass Disc Solid aperture

DC Suspended Acrylic Crown

DD Glass Disc Open aperture

The tempered soda lime glass features a sandblasted
band 1 1/4" wide with a solid clear center. The element
is fixed in position using four matte white painted
aluminum spacers and chrome button type fasteners.

The suspended acrylic crown is available in white (W),
and cobalt blue (B). The suspended element is held in
place with four brushed aluminum balls.

Features tempered soda lime glass with a clear edge
band and a sandblasted ring around the open center
aperture. The element is fixed in position using four
matte white painted aluminum spacers and fasteners.

DR Single Ring

Circular solid metal ring suspended by four matching
spacer rods. Available in brushed aluminum (BA).

GC Edgelit Circle

Features a white disc base fused to a colorful edge
capped with a bubbled layer of clear glass. The standard
colors offered for the edging are amber (A), and blue
(B). The element is held in place with four stainless steel
rods and matte white painted half-round spheres.

DA Aero-Wing

A circular molded ring with a unique wing profile,
suspended by four aluminum spacer rods. The Aero-
Wing (MN) or metallic aluminum (MA) painted finish.

GW Glass Waveform

“p =

Consists of a clear sandblasted base fused with a white
waveform which is curved in appearance. The element
is held in place with four stainless steel rods and matte
white painted half-round spheres.

DP Perforated Disc

Perforated aluminum disc features a

square-edged inner and outer rubber 3

band. Available in satin aluminum with
black rubber edging (SA) or matte white painted

aluminum (WH) with white rubber edging. The element is

fixed to the frame using four aluminum spacers and fasteners.
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Vetro glass

Decorative ordering guide

Ordering information for Vetro glass

Vetro Glass 3" Evolution 4" Evolution 4" Aperture 6" Aperture 7" Aperture

Compatibility D01 Series  D3MRO1 D4MRO1 D4A01 D6AOT D7A01
Decorative Calculite
elements are compatible

with the following:

Line voltage

6" and 7 1/2" Apertures:
See pages 162, 166, 167
for B7054, B7705, C7055,

D02 Series  D3MR02 D4MR0O2 D4A02 D6A02 D7A02

Compact fluorescent
6", 7", 8" Apertures: See
pages 190, 192, 198 for
8021, 8022, 8023, 8031,
8037, 8051, 8052, 8056,
8065

D04 Series D3MR04 D4MRO4 D4A04 D6A04 D7A04

Note: Not compatible
with remodelers and HID
product.

D13 Series  D3MR13 D4MR13 D4A13 D6A13 D7A13

Consult factory for
compatibility with

Evolution. D14 Series  D3MR14 D4MR14 D4A14 D6A14 D7A14

B7760, B7780, C7709, ( »
, ¥ D03 Series  D3MRO3 D4MRO3 D4A03 D6A03 D7A03
E7059 ) \
|

Refer to Decorative section for additional information.
* Decorative Vetro to be used with HID fixtures 39W Max. Consult factory for other options.

How to order

For a complete Decorative
Calculite downlight you need to
specify the Frame-In Kit, Reflector,

and Decorative Finish Kit.

1. Frame-in kit 2. Reflector 3. Decorative finish kit
Specify a compatible Calculite Specify a compatible Calculite open Specify the Decorative
open downlight Frame-In Kit. downlight reflector with the molded finish kit of your choice.

trim ring/flangeless option (no suffix).
Reflectors with a white painted (W) or
polished (P) flange are not compatible.

1148  Philips Lightolier For complete specification information visit www.lightolier.com
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Hand-fused art glass

Decorative ordering guide

Ordering information for architectural designs

Architectural Designs Color Options 6" Aperture 7" Aperture
¢ Glass Disc Open Aperture — DDé" DD7 Compatlblllty
- ! Decorative Calculite
elements are compatible
P — with the following:
y 'i—""_ : = . Glass Disc Solid — DS6 DS7 Line voltage
- = 6"and 7 1/2" Apertures:

B7054, B7705, C7055,
B7760, B7780, C7709,
White (with white rubber) DPEWH DP7WH E7059

Perforated Disc Satin Aluminum (with black rubber) DP6SA DP7SA

Compact fluorescent
6" 7", 8" Apertures:
8021, 8022, 8023, 8031,

(‘I ™ - » Single Ring Brushed aluminum DR6BA DR7BA :82? 8051, 8052, 8036,
o’

] Note: Not compatible

with remodelers and HID

White DCewW DC7W product.

Cobalt Blue DC6B DC7B Consult factory for

compatibility with

Evolution.

Suspended Acrylic Crown

G——— Aero Wi Metallic Aluminum DA6MA DT7PA
@ ero-vving Matte White DAGMW DT7PB

Ordering information for fused art glass

Hand-fused Art Glass Color Options 6" Aperture 7" Aperture
. o Amber edge GCoA GCTA
m Edgelit Circle - Bubble Effect Blue edge ccen GCTB
Waveform Neutral white GW6é GW7

Decorative finish kits consist of: decorative element, trim ring, and hardware designed to fit on all flangeless 6" and 7" compact fluorescent and most
incandescent open downlights (not for use with Calculite Evolution and ProSpec. When using C700 frame — maximum wattage allowed is 250W).

How to order

For a complete Decorative
Calculite downlight you need to
specify the Frame-In Kit, Reflector,

and Decorative Finish Kit.

1. Frame-in kit 2. Reflector 3. Decorative finish kit
Specify a compatible Calculite Specify a compatible Calculite open Specify the Decorative
open downlight Frame-In Kit. downlight reflector with the molded finish kit of your choice.

trim ring/flangeless option (no suffix).
Reflectors with a white painted (W) or
polished (P) flange are not compatible.
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Aperture appearance

The proliferation of lamp types and colors, the
differences among lamp manufacturers, and the array
of reflector types present some challenges in specifying
finishes.

Lamps of the same color temperature and type (e.g.
3500K triple tube) but from different manufacturers may
look different in the same reflector.

Lamps of the same color temperature and same
manufacturer but of different types (e.g. triple tube vs.
quad tube) may look different in the same reflector.

Therefore, using a single type, color, and brand of lamp
produces the most consistent appearance among all the
downlights used in a space.

Vertical, horizontal, and louvered optics all look different
when the reflectors are finished in the same process.

To compensate, Philips Lightolier finishes each of these
reflector types differently. Our goal is to produce the
closest match among all downlights.

Not all finishes and reflector options are available for all
products. See specification sheet for more information.

Care & maintenance

If handling of reflectors with Alzak® finish is required,
the use of clean white or plastic film gloves is
recommended to avoid fingerprints. Alzak® surfaces
can be cleaned by the following methods: Wipe off with
soft clean, dry lint-free cloth; or wipe off with a soft
cloth dampened in mild detergent solution, rinse, then
wipe dry with lint-free cloth or paper towel. Avoid gritty
cleaning agents.

Note: Not all options are available with all products.
Review product information for compatibility.

Finish and trim options

Calculite finish options

by

CL Clear

Clear is the most specular
and therefore most efficient
finish available. Clear
reflectors deliver maximum
photometric performance but
can produce a mirror image
of the interior of the space.

™

CCZ Champagne bronze
Champagne bronze is a semi-
specular finish that softens
the light at the source of the
reflector while providing a
warmer reflector appearance.
Light output is slightly warmer
as well.

<« o

CCL Comfort clear
Comfort clear is a slightly
diffuse clear finish, which
eliminates iridescence and
reduces the mirror image
inherent with specular
finishes.

WH White

The matte white finish
produces the brightest
aperture when illuminated
but provides the smoothest
transition to most ceilings
when off. White is available
only with a white flange.

€ P

T

CCD Comfort clear
diffuse

Comfort clear diffuse is a
semi-specular finish that
softens the light at the
source of the reflector.
The finish creates a subtle,
even luminance from the
reflector cone.

BK Black

Black is a specular finish
that provides the lowest
aperture brightness
possible and significantly

reduces source
identification in a ceiling.

Low voltage transfer circuit

Designed to combine existing low voltage lighting with
a 12 volt emergency unit power pack. In the event of
utility power failure, the Low Voltage Transfer Circuit
will allow the 12 volt emergency power unit to supply
power directly to the lamps of the low voltage fixture.

Please refer to Safety Lighting Systems LTC-Low Voltage
Transfer Circuit for additional information.

Calculite trim options

<m»

P Polished flange

5/8" wide integral flange polished and finished to match
the appearance of the interior of the reflector (available

option on most reflector types).

W White painted flange

5/8" wide integral flange painted matte white. Standard
trim detail on all reflectors.

Sloped ceilings

Calculite adapters properly orient down-
lights when installed in sloped ceilings.
The wide splay minimizes scalloping

and beam distortion. Adapters are

spun out of heavy gauge aluminum,

are self-flanged, and are painted matte
white (easily field repainted to match
the ceiling). Adapters are produced
specifically for sloped angles of MC (5°),
MD (10°), ME (15°), MF (20°), MG (25°),

1.150  Philips Lightolier

) Slope
and MH (30°). They are used with adapter
complete standard fixtures (Frame-In-Kit
and compatible reflector). To specify, 7920
add the desired slope angle suffix to the 7925
catalog number. 7926
SCAHID - Mounting Kit Accessory 7927
Required for HID applications. Mounting 7924
hardwire and adjustable mounting 7929

support included for T-Bar grid ceiling
installations.

Aperture

45"
6

7 %
8 "
g
19"

*Downlights only (not Evolution)
Compatible Frames*
See fixture specification sheets.

For complete specification information visit www.lightolier.com



Installation and wiring

Evolution 2" thick ceilings adapters

C4TCA2

Frames Trims

C4LVMU C4AMRA, C4MR2, C4MRP,
C4MRGD, C4MRGA, C4MRW

C4ALVMU C4AMRA, C4MR2, C4MRP,
C4MRGD, C4MRGA, C4MRW

C4LVE1 C4AMRA, C4MR2, C4MRP,
C4MRGD, C4MRGA, C4MRW

C4LVE2 C4AMRA, C4MR2, C4MRP,
C4MRGD, C4MRGA, C4MRW

CAAICLVMT  C4MRA, C4MR2, C4AMRP,
C4MRGD, C4MRGA, C4MRW

CAAICLVET C4AMRA, C4MR2, C4MRP,
C4MRGD, C4MRGA, C4MRW

C6TCAD

For use with Evolution 6" Aperture DOWNLIGHT
fixtures

Compatibility matrix

C6TCAA
For use with Evolution 6" Aperture Adjustable Accent
Fixtures

Compatibility Matrix

Frames Trims

céLv C6P36A, C6P36A
C6ALV C6P36A, C6P36A
C6AICLV C6P36A, C6P36A
C6120 C6P30A

C6A120 C6P30A

C6D120 C6P38A
C6DA120 C6P38A

Co6AIC* C6P30A
C6DAIC* C6P38A

*No Thru Circuit Wiring

Note: Max Wattage allowed may be restricted with the
use of Thick Ceiling Adapters, see specification sheets
for details.

Frames Trims

Cé120 C6AD, C6P30D, C6AW C4TCA

C6A120 C6AD, C6P30D, C6AW Frames Trims

C6D120 C6AD, C6P38D, CeAW C4120 C4P20A, C4P20GD, C4P20GA
C6DAT20  C6AD, C6P38D, CoAW C4A120 C4P20A, C4P20GD, C4P20GA

CeAIC C6AD, C6P30D, CoAW C4AIC C4P20A, C4P20GD, C4P20GAC6TCAD
C6DAIC C6AD, C6P38D, C6AW

Color filters Mixing colors*

Series: ADF2 = 2" dia., ADF3 = 3 3/4" dia,,
ADF4 = 4 3/4" dia., ADF7 = 6 1/4" dia.

Primary Colors: Secondary Colors:

. MA
RD Red MM Medium )
‘ . Magenta Medium
Amber
. BL Blue . BG Blue YG
Green Yellow
Green

‘ GR Green

SP Surprise SB Steel DA Daylight Color
Pink Blue Correction
LS Light BA Bastard LP Light
Straw Amber Pink

*Filters shown together mix to white.

Calculite — Professional — Downlighting

Mounting bars
18" Long, set of 2 bars
27" Long, set of 2 bars

1950

1951
Telescoping bars for mounting between
wood joists spaced up to 24" o.c.

7994*

Set of 2 bars and 2 C-channel cross bars

Mounting clips
T-bar Clips anchor 1950 or 1951 to T-bars.
Set of 4 clips 1956

Retaining Clips anchor pre-wired fixtures
in existing ceiling. For modular fixtures only.
Set of two clips. 7998*

*Not for use with 6" or 7 1/2" accent lights or lensed wall
washers. Die cast frame only.

Step down transformer

For supplying a 120V fixture from a 277V branch circuit,
(20 amp. min.). Rated for: 277V, primary, 60Hz, 1.1 amp
120V, secondary; 300W max. incandescent load. Suitable
for single or multiple fixtures, 300W max. load. 48"

long leads included. See specification sheet 7997. Note:
For accessible ceilings only when used with 6" or 7 1/2"
aperture accent lights and lensed wall washers. 7997

Chicago plenum

Most modular construction Calculites are available with
construction approved for use in Chicago Air Plenum.
Consult your Philips Lightolier Representative.

Calculite filters and accessories

Accessory holder

CAH7 Required to use a 6 1/4" Filter with Dual
Function Adjustable Accent Fixtures,
CDF7 series. Matte Black finish.

Diffusion/special filters
Series: AF2 = 2" dia.,, AF3 = 3 3/4" dia,,
AF4 = 4 3/4" dia., AFT = 6 1/4" dia,,

. PF Perimeter
\ Frost

UV Optivex
UV Reduction*

FR Frosted
Etched Lens

IR** |nfra-Red

Reduction
SY Symmetrical
Spread Lens | AS** Beam
SF Solite Soft & Flongater Lens
Focus Lens

*Optivex UV filters by Bausch & Lomb
**Not for use on all fixtures. See fixture spec sheet

Hex cell louvers

AL2HC = 2" dia. Hex Cell Louver
AL3HC = 3 3/4" dia. Hex Cell Louver {i
AL4HC = 4 3/4" dia. Hex Cell Louver
7472 = 2" dia. Hex Cell Louver

(Bare Edge)

Screen kits
AS25LS =2 1/2" dia.
ASA4LS = 4 3/4" dia.
ASTLS = 6 1/4" dia.

Light Blocking
Light Blocking
Light Blocking

Each kit contains two 15% Light Blocking Screen
and two 40% Light Blocking Screens.

3", 4" Evolution
and ProSpec

Cube cell louvers
AL4CC = 4 3/4"dia. Cube Cell Louver
AL7CC = 6 1/4" dia.  Cube Cell Louver
Provides additional light shielding
and reduces lamp glare when

needed. Matte black finish. H

T ]
I

T
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Features

IC Conversion Kit: Calculite Evolution Fluorescent
downlights provide energy efficient general illumination
in applications with insulated ceilings. Conversion kits
permit Triple Tube Compact Fluorescent lamps to be
used with existing Evolution Incandescent IC frames and
standard Calculite CFL trims. The conversion kits may
be installed prior to mounting or at any time afterwards,
existing Evolution incandescent fixtures can also be
retrofit.

Electronic Ballast: 120 Volts only. Short circuit and
End-of-Life Protection. THD <109%, Class P, HPF.

Compact Fluorescent Conversion Kit: Converts
previously installed incandescent Calculites to optically
correct triple tube compact fluorescent downlights,
without the cost of rewiring or reworking the ceiling.
Calculite conversion kits properly position the standard
(not self ballasted) lamp above the ceiling for effective
glare control. Precise optics, thermal engineering and
electronic ballasts assure high light output. Conver-
sion kits also limit lamp pilferage or can be returned to
incandescent use.

Construction: Screw-shell adaptor fits incandescent
socket cup. Separate ballast compartment attaches to
the previously installed frame. Socket cup snaps onto
new fluorescent reflectors for correct lamp focus. All
converted Calculites are UL Listed as new downlights.

Electronic Ballast: 120 volts only. Programmed start,
non-pulsating starting down to 0°F.

Reflector: New 6" or 7" triple tube reflector required.
See the matrix. For other fixtures, consult factory.

1452 Philips Lightolier

CFL conversion kits

42" Aperture, compact fluorescent IC conversion kit
18 Watt triple tube

9"

Shown with 8011 Series Trim & Frame

How to Specify

Frame Conversion Trim Description

kit
C4AIC CACFL18 8011 Vertical Triple Tube Downlight
C4AIC C4CFL18 80TMTWW Vertical Triple Tube Wall Washer

For photometric information, see separate trim specification sheets.
Note: Also compatible with C4120 (Non-IC) and C4A120 (Non-IC Airseal®)

6" Aperture, compact fluorescent IC conversion kit
26 or 32 Watt triple tube

Shown with 8021 Series Trim & Frame

How to specify

Frame Conversion Trim Description
kit
C6DAIC C6CFL32 8021 Vertical Triple Tube Downlight
C6DAIC C6CFL32 8021TWW  Vertical Triple Tube Wall Washer
C6DAIC C6CFL32 8091 Lensed Downlight
C6DAIC C6CFL32 8091CB Cross Blade Downlight
C6DAIC C6CFL32 8046 Lensed Wall Washer
C6DAIC C6CFL32 8031 Horizontal Triple Tube Downlight

For photometric information, see separate trim specification sheets.
Note: Also compatible with C6120 (Non-IC) and C6A120 (Non-IC Airseal®)

Compact fluorescent conversion kit
26 or 32 Watt triple tube (6" Aperture) 26,32, or 42W Triple tube (7" Aperture)

How to specify
Conversion kit (120V only)

Existing incandescent Recommended compact fluorescent reflector.

Frame Reflector Description Conversion kit Compact fluorescent reflector
B600 7054 6" A lamp downlight 132B120CK + 8021 or 8031

B600 7705, 7760, 7780 6" R or PAR downlight  132B120CK + 8021

E610 7059 6" Horizontal downlight 132B120CK + 8031

C700 7055, 7709 7" A, PAR downlights ~ 132B120CK + 8022

For complete specification information visit www.lightolier.com



Remodel frame-in kits

Compact lamps and efficient fixtures provide options for achieving high light levels while

reducing the size of the ceiling opening. You no longer need to go to a 2' x 2' fluorescent

product to provide adequate illumination and wide spacing. Matrix 9" x 9" square luminaires

with two 42W triple tube compact fluorescent lamps are comparable in output to traditional

recessed 2' x 2" troffers. Triple tube lamps have the added benefit of amalgam technology,

which maintains lumen output over a wider range of operating temperatures.

Calculite — Professional — Downlighting

Compact fluorescent frames
3 2 1

_\m

Recessed Height:
See Reflector Trim
Specification Sheet For

Top View

Information Specifications
1. Snap-on Die-Cast Aluminum Socket Cup
2. Die-Formed Steel Frame
3. Mounting Frame Retaining Spring Clips
r 4. Reflector Retaining Spring Clips
I 5. Nail Pins secure ]-Box/Ballast onto ceiling
6. Electronic Ballast: Universal voltage 120
thru 277V, HPF, Class P, THD <10%
f * * 7. Junction Box: Suitable for 90°C supply wiring
| A Dia | 7" to 2" Max. connections.
' . ) ' Ceiling Thickness— 8. Representative Reflector trim: 8021 series shown.
Self-Flanged ! B Dia. Molded Trim Ring 9. Triple Tube Compact Fluorescent, 4-Pin (by other)
Lamping A B C D E F Compatible reflector UL Listed For Damp Locations
trim series
1 Lt. Triple Tube, . e L . . . Notes: Open wall washer reflector trims are not compatible.
6132BURM 26/32W 6 7V 12 9% 82 672 8021, 8031, 8046, 8091 #“C"” dimension is applied for vertical lamping. For horizontal
7142BURM ;ébggzgi;/Tube' T3 850" 144 97" 10" 7" 8022, 8037, 8047, 8097 lamping see separate trim specification sheet.
8142VURM 12L\}'VT”P'6 Tube gy 9y skt 0w MW 9% 8023
8242HURM 2 LL TP TU0Cgsin gy v q0)r 110 9% 8038, 8039, 8069
Incandescent frames c
3 2 1 4 5 7 ~— D

Recessed Height: 3
See Reflector Trim f
Specification Sheet For :
Information i

py—

Se\f»F\angeB B Dia.

A B C D E F

A400RM 4)5" 5%" 117" 8%" 7" 5"
B600RM ¢" 7" 137" 10%" 8" 64"
C700RM 735" 8%" 16" 12" 10" 7"
G410RM 4)" 57" 17" 8%" 7" 5"

7" to 2" Max.
Ceiling Thickness

" Molded Trim Ring

-

A7053
A7058
A7701
B7054
B7705
B7760
B7780
C7055
C7709

G7057

Compatible reflector trim series

Lamping

A19 100W max.

BR30 85W max. / PAR30 / ER30 75W max.
PAR16 / R20 75W max. / PAR20 50W max.
A19 100W max. / 150W A21 max.

BR30 85W max. / PAR30 75W max.

PAR38 150W / ER30 75W / BR30 85W / BR40/ER40 120 max.

PAR38 150W max.

A21 150W max. / A23 200W max. / PS25 300W max.
PAR38 250W max.

A19 100W max. (horizontal lamping)

Top View

m —

[

Specifications

. Snap-on Die-Cast Aluminum Socket Cup

. Die-Formed Steel Frame

. Mounting Frame Retaining Spring Clips

. Reflector Retaining Spring Clips

. Nail Pins secure J-Box onto ceiling

. (Not shown) Thermal Protector meets NEC and UL
requirements. Insulation must be kept 3" away from
fixture sides and wiring compartments and must
not be placed above fixture in a manner which will
entrap heat.

7. Junction Box: Suitable for 90°C supply wiring

connections. UL Listed for Damp Locations

oUW N
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Emergency lighting battery pack

Compact fluorescent

Compatability matrix

Lamp Wattage Ballast Specify

Twin 2-pin 1B3W Magnetic M FAEMIT

Quad 2-pin 1BW Magnetic M FAEMIT

2-pin 18W Magnetic M FAEM2T

2-pin 26W Magnetic M FAEM2T
Quad 4-pin 13W Electronic F FAEM3E, FAEM4E
4-pin 18W Electronic F FAEM3E, FAEM4E
4-pin 26W Electronic U FAEM3E, FAEM4E
Features Triple 4-pin 18W Electronic G FAEM3E, FAEM4E
Emergency packs: Solid state battery pack provides X‘P?” %ng\/ E:ec;ﬁ"o"‘ic 8 ::2::;5' ::2:::5

. : : -pin ectronic ,
90-minute emergency lighting when AC power fails. 4‘;” W Electronic U FAEM3E, FAEM4E

Lamps operate as shown below. Meets National Electric
1. Consult factory for damp location.

and Life Safety codes. Modular construction converts a 2. FAEM3E and FAEM4E are not compatible with Ballast Type “C", “D" and "] dimming frames.
standard downlight into an emergency unit and permits 3 FAEM4E not compatible with 57226 and 58242 series frames.
emergency downlights to be integrated into the lighting

design.
Battery pack: Fully encased, long-life nickel cadmium;
pre-wired with quick connect plug, may be replaced

from below; charges from both 120 and 277 VAC. Lumen output with battery pack
Test Switch and Charge Light Lamp 1-Light 2-Light fixture
fixture (both lamps on)
FAEM1T, FAEM2T, FAEM3E: Included in easy-to- 13W Twin (2-pin) _ 625
install recessed switch box. May be remoted to closet 13W Quad (2-pin) 525 525
or cabinet (up to 50" away) if desired. Matte white, 42" 18W Quad (2-pin) 520 520
diameter canopy. 26W Quad (2-pin) 650 650
FAEMAJE: Includes one piece test switch and charge EZVV\\? guai Ei’pi_n; ‘3};2 238:: g%g 228::
. ) v . p . uad (4-pin , )
Ilg:t with 2 3#; dlta. msatte whltetcover ;.){I.atet,. installs in 26W Quad (4-pin) 600, 650%* 700%%
ceiling or in reflector. See separate specifications. 18W Triple (4-pin) 300, 650%* 575
Frame-in kit: A standard Calculite compact 26W Triple (4-pin) 450, 650%* 725
fluorescent Frame-In Kit, see Compatibility Matrix. 32W Triple (4-pin) 575, 650%* 750
42W Triple (4-pin) 750, 650%* -

Ballast: Electronic or magnetic as specified for AC

HE L for FAEM3E
operation; 120 or 277 volts. umen output for 3

#* Lumen output for FAEM4E
Reflector: Any standard Calculite compact fluorescent
reflector.

Listing: The Emergency Pack is UL Listed for indoor
dry locations. Not approved for Chicago Plenum.

How to specify: The Frame-In Kit and Emergency Pack  Emergency pack shown on standard frame-in kit

are shipped in separate cartons. The Battery Pack carton

is labeled with an “FA" prefix (denoting Fluorescent . o o @
Accessory). Ex: f _ il o offf —-
FAEM3E: Most of frame-in kits are available with a — \- ;-»@0
factory installed emergency battery pack. Add suffix o — ~ =

~

£
“EMY ) £
EM” to Frame-In Kit number. m TTTTROITTI ]

Installation: Emergency Pack installs in the field. It
requires no additional plenum depth. Pack attaches to
the standard Frame-In Kit mounting bracket. Battery,
test switch, and charge light are pre-wired to one side
of the quick-connect plug. Ballast and socket leads are
field-installed to the other side of the plug.

[

Indicator light Test button

Energy Star

Calculite now offers a 6", 1 lamp, 32W
frame-in kit designed to comply with

the Environmental Protection Agency's
Energy Star program as well as California’s
Title 24 legislation. This product, designed
to government specifications, provides
the consumer with a highly energy-
efficient lighting fixture. Energy Star®
products are an excellent choice for
residential and commercial applications

as they offer significant savings in energy
costs and are environmentally friendly.

1154  Philips Lightolier For complete specification information visit www.lightolier.com
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Auxiliary lighting, emergency
lishting and starting conditions

HID
Features
Ballase . ANSI Code Voltage Max.amps Input watts HID: Many Calculite HID downlights are available
Electronic ith an Auxiliary or Emergency tungsten-halogen
20W T M156 1201277 0.21/010 23 :;v(‘)tubi contactiocket as i sta?darj variant Rgefer to
3I9WMH  M130 1207277 0.39/017 44 o ) '
70WMH  M98/M139/M143 1201277  0.67/0.28 78 specification sheet A/E for details.
1700W MH  M90/M140 120/277 0.90/0.43 110 Electronic ballast for metal halide fixtures:
150W MH  M102/M142 120/277 1.40/0.61 167 Electronic ballasts are available on many 20W-150W
Magnetic Metal Halide frames and cylinders. The standard
39W MH  M130 120/277 1.00/0.40 56 Electronic HID Metal Halide ballast uses low frequency,
70W MH  M98/M143 1201277 1.90/0.80 94 constant wattage square wave technology. The benefits
1700W MH  M90/M140 1201277 2.40/110 125 of a stable power source are longer lamp life and greater
150W MH  M102 120/277 3.70/1.60 180 color stability. In addition, Low starting currents permit
175W MH  M57 120/277 2.00/0.90 205 more luminaries on a single circuit.
175WPSMH  M137/M152 1207277 2.20/0.90 205 Auxiliary lighting for recessed HID luminaires
250WMH M58 120/277 2.60/1.10 290 (A): HID lamps require a “warm-up’ period of 5 to
250WPSMH  M138/M153 1207277 2.80/1.20 290 10 minutes to reach full output. Additionally, when
320WPSMH  M132/M154 120/277 340/1.50 370 these lamps are extinguished they must cool for 5 to
400WMH — M59 120277 390/1.70 460 15 minutes before they will relight. Outage can be
400WPSMH  M135 120277 4.10/1.80 465 caused by momentary power failure, substantial voltage
PS = Pulse Start reduction or cycle changes.

To provide a minimum level of illumination, a double-
contact socket and solid-state switching device, (for use
Field install in-line fuse kits (slow-blow) for HID metal halide magnetic ballast frame-in kits W‘th a 120V tungsten-halogen lamp) operate during .
initial HID lamp warm-up, or cool-off-and-restart period.

Lamp Ballast ANSI Fuse rating

A Philips Amps. The tungsten-halogen lamp remains on until the HID
wattage circuit Code 120v 277V Lighrolier Fuse P lamp reaches approximately 60% of its light output.
50w HX-HPF M110, M148 3 2 kit catalog no. Note: The auxiliary is not emergency lighting and will
178\5\/\/\/ Ei;:gi ng ml:é 61 § gﬁgﬁ g only operate when there is power to the luminaire. The
150W LIX-HPF M10i M4 10 4 CAFAA 1 AUX system is available for magnetic ballast either 120V
175W CWA M57 ' S 3 CAFSA 5 or 277V branch circuits with a ballast tap supplying 120V
175W SCWA. Pulse Start M137. M152 5 3 CAFOA o to the tungsten-halogen lamp. 120V electronic ballast
250W CWA M58 s 4 CAFSA 8 can be o.perated with 120V branch circuit. For 277V,
250W SCWA, Pulse Start  M138, M153 8 3 CAFI0A 10 electronic, consult factory.
320w SCWA, Pulse Start M132, M154 8 3 Emergency lighting for recessed HID luminaires
400W CWA M59 10 5 (E): A tungsten-halogen lampholder, (without the
400W SCWA, Pulse Start M135, M155 10 4 switching device) prewired with #18AWG SF2 leads in a

5/16" x 26" long flexible greenfield cable, is provided with

the luminaire for attachment to an AC 60 cycle power

supply. Power supply by others.

Starting conditions: All magnetic ballasts operate

with a starting current, considerably more than the

operating current, circuits should be sized accordingly.

Color Shift: All Metal Halide lamps experience color
Mode of operation shifts as they age. Color shift may be exacerbated

by input voltage variation. And there may be some

Initial start Full warm-up initial variation i.e. new lamps as well. This is a general

HID lamp and tungsten HID lamps at 100% characteristic of the source itself and should be

halogen lamp both [\ light output. considered when selecting the lighting system.

energized. HID lamp

starts warming up;

tungsten-halogen lamp at Maximum tungsten-halogen lamp wattage

full output. HID Lamp Tungsten-halogen Lamp T-4,

120V double-contact

Partial warm-up “Hot” restart 39W-150W 100w

HID lamp reaches HID lamp and tungsten- 175W 150w

approximately 60% light halogen lamp both 250W-400W* 150w

output; tungsten-halogen energized. HID lamp too #250W-400W Metal Halide Calculite with optional Auxiliary

lamp switched off. hot to start; tungsten- Lighting or Emergency Lamp bears a Marked Spacing label

indicating that the luminaire is not for residential use and that

halogen lamp at full output.
specified spacings must be maintained between:

After HID lamp cools down
and starts, cycle begins as in
“Initial Start” above.
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CFL conversion kits

Compact fluorescent conversion kit converts previously installed incandescent Frame-In
Kits to optically correct triple tube compact fluorescent downlights, without the cost of
rewiring or reworking the ceiling. Calculite conversion kits properly position the standard
(not self ballasted) lamp above the ceiling for effective glare control. Precise optics, thermal

engineering and electronic ballasts assure high light output.

Separate ballast attaches to the previously installed frame. Socket cup snaps onto fluorescent
reflectors for correct lamp focus. Electronic ballast for 120 volts only. Soft, non-pulsating

starting down to 0°F.

Evolution 2" thick ceiling adapters 412" Aperture, IC conversion kit
(4 VZH & 6”) 18 Watt triple tube

94" Shown with
C4TCA2 ® 8011 Series
Frames Trims O Trim & Frame
C4LVMU C4MRA, C4MR2, C4MRP, o q

C4MRGD, C4MRGA, C4MRW

C4AICLVM1  C4MRA, C4MR2, C4MRP, How to specify For photometric information, see

separate trim specification sheets.

C4MRGD, C4MRGA, C4AMRW Frame Conversion kit Trim Description
C4ALVMU C4MRA, C4MR2, C4MRP, C4AIC C4CFL18 8011 Vertical triple tube downlight
C4MRGD, C4MRGA, C4MRW C4AIC CA4CFL18 801TWW Vertical triple tube wall washer
C4LVE1 C4MRA, C4MR2, C4AMRP, Note: Also compatible with C4120 (Non-IC) and C4A120 (Non-IC Airseal®)
C4AMRGD, C4AMRGA, C4MRW
C4LVE2 C4MRA, C4MR2, C4AMRP,

C4AMRGD, C4AMRGA, C4MRW

n N N

caten 6 Aperture: IC conversion kit o with

26 or 32 Watt triple tube 8021 Series
Frames Trims :

Trim & Frame

4120 C4P20A, C4P20GD, C4P20GA ‘
C4A120 C4P20A, C4P20GD, C4P20GA A
C4AIC C4P20A, C4P20GD, C4P20GA
Note: Max Wattage allowed may be restricted with

the use of thick ceiling adapters, see specification
sheets for details.

How to specify For photometric information, see sepa-
rate trim specification sheets.
C6TCAA Frame Conversion Kit Trim Description
For use with Evolution 6" aperture adjustable accent CéDAIC - C6CFL32 8021 Vertical triple tube downlight
fixtures C6DAIC  C6CFL32 802TWW  Vertical triple tube wall washer
— C6DAIC  C6CFL32 8091 Lensed downlight
Compatibility matrix C6DAIC  C6CFL32 8091CB Cross blade downlight
Frames Trims C6DAIC  C6CFL32 8046 Lensed wall washer
CoLV C6P36A C6DAIC  C6CFL32 8031 Horizontal triple tube downlight
C6ALV C6P36A Note: Also compatible with C6D120 (Non-IC) and C6DA120 (Non-IC Airseal®)
C6AICLY C6P36A
C6120 C6P30A
C6A120 C6P30A Pinhole finishes
C6D120 C6P38A
CEDAT120 CEP38A SA Satin aluminum

C6AIC* C6P30A
C6DAICH C6P38A

*No Thru Circuit Wiring

Satin aluminum, knife-
edged pinhole aperture
with matching flange.

C6TCAD
For use with Evolution 6" aperture downlight fixtures BK Black
Matte black, knife-edged

pinhole aperture with

Compatibility matrix

Frames Trims
C6120 C6AD, C6P30D, C6AW . ‘ _ _ matte white flange.
C6A120 C6AD. C6P30D. CHAW CA3FMR 3" Evolution Flangeless Trim Accessory Ring
CeD120 C6ADY C6P38Dv COAW Machined aluminum accessory ring (ordered separately)
' ' is used with 3" aperture flangeless trims (FT suffix) to
C6DAI20  C6AD, C6P38D, COAW o0 vath 3 aperture fangeless Ui <th ; )7, — WH White
CéA‘C C6AD, C6P30D, CéAW provide a tlush custom installation. er € Trame-in — Matt hite. ki { deed
CUDAIC COAD. C4P38D. CEAW kit is installed, the flangeless ring is inserted into the atte white, knife-edge

=== pinhole aperture with

ceiling opening and the flange is plastered over, feath-
matching flange.

ered, sanded and finished.

1156  Philips Lightolier For complete specification information visit www.lightolier.com
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Specification — Downlighting

Philips Lightolier offers a wide

selection of specification downlights
engineered for flexibility, value and
ease of installation.

Contents

Xceed LED > 1164 Ardee ModuleX M3 > 1216
Xceed compact fluorescent > 1.168 Ardee MatreX > 1.230
Uniframe LED > 1.176 Ardee Indigo > 1.235
Uniframe compact fluorescent > 1.182 Ardee Hover CF > 1.238
Uniframe HID > 1194 LytePoints low voltage luminaires > 1.244
Lytecaster performance incandescent > 1.202 Lytepoints accessories > 1.269

Ardee Focus & Varianti > 1.208



Downlighting — Specification — Lytecaster

Lytecaster

Lytecaster offers an extremely wide and
useful range of downlights, wall washers
and accent lights for residential and light

commercial applications.

Lytecaster specification grade families
include Xceed and Uniframe, Lytecaster
can provide general lighting, wall washing,
accent lighting and task lighting. Lytecaster's
optically designed reflectors provide glare

control and light output.

All Lytecaster downlights are also designed

to be easily installed, with a host of features
that allow fast, consistent installations

every time.




Lytecaster — Specification — Downlighting
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Xceed LED & CFL

Architectural features

* Round or square aperture; 5 5/16"

* Energy-efficient LED & CFL options

* Shallow 35" fixture depth

* Downlight, wall wash and sloped
ceiling trims

* Standard wet location listed

* Energy Star & California Title 24 options

Installation convenience
» CFL option ships with 2700K or 3500K

lamp

 LED 50,000 life (L70) based on IESNA-
LM80-2008

* Twist and lock CFL lamp holder for easy
replacement

» Offset aperture for near-joist installation

* Swivel lock mounting bars.

» Offset aperture hole for installation close

to joists.

Performance

» 82 CRI LED option

* Integral glass diffusion lenses
e CFL dimming to 15%

* LED dimming to 10%

Dimming range
LED: 100% —10% CFL: 100% — 15%
See specification sheet(s) for dimmer

compatibility.

1162 Philips Lightolier

Round or square

The Xceed LED and CFL fixtures offer the shallowest housing in their category. Period.

Pivoting mechanism
on frame allows for
90° adjustment of
mounting bar.

Innovative top/bottom junction access
allows for easy wiring and installation.

3.5" housing height

Xceed LED

Spectral Flux (mW/nm)

Wavelength (nm)

Xceed CFL

Spectral Flux (mW/nm)

0
350 [400] 450 500 550 600 650 [700] 750 800 850
Wavelength (nm)

For complete specification information visit www.lightolier.com



LED specific test data

Independent test data

LM-79 Electrical and photometric
measurements of solid-state
lighting products

An |ES-approved method to quantify the
performance of the fixture's total luminous
flux, luminous efficacy (I/w), luminous intensity
(candelas) and chromaticity, CRI and color

temperature.

This method specifies that products should
be tested with absolute rather than relative
photometry. Absolute photometry takes into
account the performance of the LEDs as used
in a particular fixture in it's production
configuration. The impact of the fixture's
orientation and thermal management is

accounted for in this method.

LM-80 measuring lumen maintenance
of LED light sources

An |ES-approved method to determine the

lumen maintenance of LED light sources.

The LED manufacturers provide life ratings for
individual LED's at specific drive currents and

operating temperatures.

In turn, the luminaire manufacturer measures
the drive current and temperature in their LED
fixture. The data is crossed to estimate LED life

in a fixture.

L70 is the life at which the fixture delivers 70%
of initial light output.
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Xceed LED IC housing

5" Round frame-in kits

Lytecaster Xceed provides all the benefits of LED technology in spaces that require

insulation. With its insulated ceiling design and AirSeal® compatibility out of the box, this
frame is ideal for residential and hospitality settings. Its unique 3.5" shallow design allows
it to fit in almost any ceiling and is available in a warm 2700K color temperature.

5" Xceed LED new construction IC - 600 lumen

Xceed LED is a three part system. The frame system consists of a frame-in kit and a light 1. Select frame
engine component. Once selected, choose from any trim to complete your product. 2. Add light engine
3. Choose trim (p. 1.167)

Designed for new construction where insulation will be installed. IC housings designed AirSeal® complies with MEC and WSEC air leakage requirements when installed as
to offer a full range of lighting performance in fully insulated ceiling applications up to instructed. UL listed for through wiring, mounting bars lock to T-bar ceiling runners
11/2" thick. Pivoting bar-ends and pre installed mounting screws/nails are standard. without accessories

Xceed 600 lumen frames - round

Catalog no. Input Wattage Lumen Dimming signal
1050LRN06D1 600Im frame, round, dimming, 120v 120v 16W 600 Electronic low voltage
1050LRNO6D1N 600Im frame, round, dimming, preset nails, 120v 120v 16W 600 Electronic low voltage

Xceed 600 lumen light engines - round

Catalog no. Input Wattage Lumen Color
1050LRN0627 LED Light engine, 600Im, round, 2700K 120v 1T6W 600 2700K
1050LRN0635 LED Light engine, 600Im, round, 3500K 120v T6W 600 3500K

Xceed 900 lumen frames - round

Catalog no. Input Wattage Lumen Dimming signal
1050LRN09D1 900Im frame, round, dimming, 120v 120v 20W 900 Electronic low voltage
1050LRNO9D1N 900Im frame, round, dimming, preset nails, 120v 120v 20W 900 Electronic low voltage

Xceed 900 lumen light engines - round

Catalog no. Input Wattage Lumen Color
1050LRN0927 LED Light engine, 900Im, round, 2700K 120v 20W 900 2700K
1050LRN0935 LED Light engine, 900Im, round, 3500K 120v 20W 900 3500K

1164  Philips Lightolier For complete specification information visit www.lightolier.com
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Xceed LED trims

5" Round trims -

Xceed's optics are ideal for both residential and light commercial applications. These

dedicated optics have been designed for performance around energy efficient LED sources.
Xceed trims provide excellent shielding and performance by using a high transmission Solite

lens that diffuses the light source while directing light out of the fixture.

5" Xceed lensed downlight - round B '\

Catalog no. Description

1050LRNDLWB White baffle, white flange
1050LRNDLCDW Clear diffuse, white flange
1050LRNDLCDP Clear diffuse, clear diffuse flange
1050LRNDLWC White cone, white flange

5" Xceed lensed slope / wall wash - round EY

Catalog no. Description Reference data

1050LRNSLWWB White baffle, white flange Reflector T050LRNSLWWB - 900Im
1050LRNSLWCDW Clear diffuse, white flange CCT 3500K LED
1050LRNSLWCDP Clear diffuse, clear diffuse flange Luminaire lumens 967

1050LRNSLWWC White cone, white flange Efficacy 49 Im/w

Multiple units - Footcandles on wall  Multiple units - Footcandles on wall

2' from wall - 2' on center 3' from wall - 3' on center
Od<--2-->1 O<--3-->1
1 2 2 2 1 6 5 6
) 30 30 30 g 2 13 1 13
T3 3
2 4 15 15 15 2 4 1 11 1
g s 10 10 10 g s 9 9 9
S 7 7 7 E 6 7 7 7
“§ 7 5 “; 7 5 5 5
5 8 4 4 4 § 8 4 4 4
8 9 3 3 3 8 9 3 3 3
10 2 2 2 10 2 2 2
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Xceed LED IC housing

5" Square frame-in kits

Lytecaster Xceed provides all the benefits of LED technology in spaces. With its insulated

ceiling rating, AirSeal® compatibility, and its exceptionally shallow3.5" height it fits in almost
any ceiling. It is available in a warm 2700K color temperature or a cooler 3500K color
temperature with an 80+ CRI.

5" Xceed LED new construction IC - 900 lumen

Xceed LED is a three part system. The frame system consists of a frame-in kit and a light 1. Select frame
engine component, and a trim. 2. Add light engine
3. Choose trim (p. 1.167)

Designed for new construction where insulation will be installed. IC housings nails are standard. AirSeal® complies with MEC and WSEC air leakage requirements
are designed to offer a full range of lighting performance in fully insulated ceiling when installed as instructed. UL listed for through wiring. Mounting bars lock to T-bar
applications up to 1 1/2" thick. Pivoting bar-ends and pre installed mounting screws/ ceiling runners without accessories

Xceed 600 lumen frames - square

Catalog no. Input Wattage Lumen Dimming signal
1050LSQ06D1 600Im frame, square, dimming, 120v 120v 16W 600 Electronic low voltage
1050LSQO06D1N 600Im frame, square, dimming, preset nails, 120v 120v 16W 600 Electronic low voltage

Xceed 600 lumen light engines - square

Catalog no. Input Wattage Lumen Color
1050LSQ0627 LED Light engine, 600Im, square, 2700K 120v 1T6W 600 2700K
1050LSQ0635 LED Light engine, 600Im, square, 3500K 120v T6W 600 3500K

Xceed 900 lumen frames - square

Catalog no. Input Wattage Lumen Dimming signal
1050LSQ09D1 900Im frame, square, dimming, 120v 120v 20W 900 Electronic low voltage
1050LSQO09D1N 900Im frame, square, dimming, preset nails, 120v 120v 20W 900 Electronic low voltage

Xceed 900 lumen light engines - square

Catalog no. Input Wattage Lumen Color
1050L5Q0927 LED Light engine, 900Im, square, 2700K 120v 20W 900 2700K
1050LSQ0935 LED Light engine, 900Im, square, 3500K 120v 20W 900 3500K

1166  Philips Lightolier For complete specification information visit www.lightolier.com
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Xceed LED trims

5" Square trims

Lytecaster Xceed's optics are ideal for both residential and light commercial applications.

These dedicated optics have been designed for performance around energy efficient
LED sources. Xceed trims provide excellent shielding and performance and use a high

transmission Solite lens that diffuses for an incandsescent like diffusion quality.

5" Xceed lensed downlight - square B '\

Catalog no. Description

1050LSQDLWB White baffle, white flange
1050LSQDLCDW Clear diffuse, white flange
1050LSQDLCDP Clear diffuse, clear diffuse flange
1050LSQDLWC White cone, white flange

5" Xceed lensed slope / wall wash - square  |BY

Catalog no. Description Reference data

1050LSQSLWWB White baffle, white flange Reflector 1050LSQSLWWAB - 900Im
1050LSQSLWCDW Clear diffuse, white flange CCT 3500K LED
1050LSQSLWCDP Clear diffuse, clear diffuse flange Luminaire lumens 967

1050LSQSLWWC White cone, white flange Efficacy 49 Im/w

Multiple units - Footcandles on wall  Multiple units - Footcandles on wall

2' from wall - 2' on center 3' from wall - 3' on center

Od<--2-->14 O<--3-->1

1 2 18 2 1 6 6 6
) 33 31 33 g 2 12 12 12
't 3 e 3
2 4 18 18 18 2 4 12 12 12
g s 13 9 13 g s 10 10 10
5 ¢ 9 7 9 5 ¢ 8 8 8
s 7 7 5 7 < 7 6 6 6
§ 8 5 6 5 § 8 5 5 5
8 9 4 5 4 8 9 4 4 4
10 3 4 3 10 3 3 3
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Xceed CFL IC housings

5" Round shallow frame-in kits

Our fixtures don't just utilize the most efficient light sources, they are carefully designed
around them to provide the highest light output while maintaining shielding for comfortable,
glare-free installations.

Insulated ceiling compact fluorescent

Lytecaster Xceed Compact Fluorescent provides all the benefits of compact fluorescent
lighting in spaces that require insulation. With its Insulated ceiling design and AirSeal®
compatibility out of the box, this frame is ideal for residential and hospitality settings.
Philips Lightolier compact fluorescent downlights can either correspond to warm 2700K
sources, ideal for residential applications, or cooler 3500K lighting for light commercial
applications.

5" Xceed low profile IC AirSeal®
new construction (1-light, round)

Cut out 5-5/16"
Width 8-1/4"
Length 8-5/16"
Depth 3-1/2"

Title 24

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add
an N and/or 35 to the end of the model number for
those options.

1050RN13ES* 13w Triple GX24g-1 Base
1050RN18ES* 18w Triple GX24q-2 Base
1050RN26ES* 26w Triple GX24g-3 Base
Input power

Frame-in kit Total watts Amp (120V)
1050RN13ES 30 .25
1050RN18ES 4 .34
1050RN26ES 48 40

Specifically designed to provide all the value and
functionality of traditional incandescent sources using
energy efficient compact fluorescent sources.

* A 2700K or 3500K lamp is included with every frame

1168  Philips Lightolier

5" Xceed low profile IC AirSeal®
new construction — dimming
(1-light, round)

5" Xceed low profile Non-IC
AirSeal® new construction-
commercial (1-light, round)

o Cut out 5-5/16" o Cut out 5-5/16"
Width 8-1/4" Width 8-1/4"
Length 8-5/16" Length 8-5/16"
Depth 3-1/2" Depth 3-1/2"

Title 24

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add an
N and/or 35 to the end of the model number for those
options. Please consult frame specification sheet for all
compatible dimmers.

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add
an N and/or 35 to the end of the model number for
those options.

1050DRN26ES* 26w Triple GX24qg-3 Base 1050RN13CMU 13w Triple GX24g-1 Base
1050RN18CMU 18w Triple GX24q-2 Base
Input power 1050RN26CMU 26w Triple GX24qg-3 Base
Frame-in kit Total watts Amp (120V)
Input power
1050DRN26ES 28 23 Frame-in kit  Total watts  Amp (120V)
Ballast: Mounted inside Junction Box 1050RN13CMU 16 137.06
* 120V NPF Energy Star® approved Electronic Ballast 1050RN18CMU 20 A1717.08
* Instant start with end of lamp life protection, class “P” 1050RN26CMU 29 2471

thermal protection with a class “A” sound rating

* Dims to approx. 20%

* Min. starting temperature is 50°F (10°C)

* Dimming allows precise adjustment of light levels and
increased energy savings and lamp life

» Commercial version provides a universal 120/277V
HPF ballast

» Outperforms the industry standard 65 watt BR30 by
up to 30%

* Flicker free, quick start lamp is completely shielded for
visual comfort

* Unique design focuses on ease of installation and
maintenance

* Only 3 1/2" high, installs in shallow plenums and can be
wall mounted

For complete specification information visit www.lightolier.com
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Xceed CFL IC housing

5" Square shallow frame-in kits

Xceed is Energy Star® and California Title 24 compliant.

Energy Star® is a joint program of the U.S. Environmental Protection Agency and the U.S.

Department of Energy. This program helps identify those products that have been designed

to meet a certain criteria in energy efficiency. In 2007 Energy Star® products avoided

greenhouse gas emissions equivalent to those from 27 million cars — all while saving $16

billion in utility bills.

California Title 24 (Energy Conservation Act) is a building regulation that establishes

standards and construction requirements to conserve energy. The standards include not-

to-be-exceeded specifications for areas of the home directly impacting energy. Lighting

in almost every room must be energy efficient (high efficacy) lighting, such as compact

fluorescent or have some type of automatic lighting control.

5" Xceed low profile IC AirSeal®
new construction (1-light, square)

Cut out 5-5/16"
Width 8-1/4"
Length 8-5/16"
Depth 3-1/2"

B CA\
(ot
Title 24

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add
an N and/or 35 to the end of the model number for
those options.

1050SQ13ES* 13w Triple GX24g-1 Base
1050SQ18ES* 18w Triple GX24q-2 Base
1050SQ26ES* 26w Triple GX24g-3 Base

Input power

Frame-in kit Total watts Amp (120V)
1050SQ13ES 30 .25
1050SQ18ES 41 34
1050SQ26ES 48 40

Specifically designed to provide all the value and
functionality of traditional incandescent sources using
energy efficient compact fluorescent sources.

* A 2700K or 3500K lamp is included with every frame

5" Xceed low profile IC AirSeal®
new construction — dimming
(1-light, square)

n Cut out 5-5/16"
Width 8-1/4"
Length 8-5/16"
Depth 3-1/2"

B CA\
(ot
Title 24

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add an
N and/or 35 to the end of the model number for those
options. Please consult frame specification sheet for all
compatible dimmers.

1050DSQ26ES* 26w Triple GX24qg-3 Base
Input power

Frame-in kit Total watts Amp (120V)

1050DSQ26ES 28 23

Ballast: Mounted inside Junction Box

* 120V NPF Energy Star® approved Electronic Ballast
Instant start with end of lamp life protection, class "“P”
thermal protection with a class “A” sound rating

Dims to approx. 20%

Min. starting temperature is 50°F (10°C)

Dimming allows precise adjustment of light levels and
increased energy savings and lamp life

Outperforms the industry standard 65 watt BR30 by
up to 30%

Flicker free, quick start lamp is completely shielded for
visual comfort

5" Xceed low profile Non-IC AirSeal®
new construction-commercial
(1-light, square)

n Cut out 5-5/16"
Width 8-1/4"
Length 8-5/16"
Depth 3-1/2"

*All frames come standard with preset mounting screws
and a 2700K lamp. Models are available with preset nails
and/or a 3500K lamp (13ES = 2700K only). Simply add
an N and/or 35 to the end of the model number for
those options.

1050SQ13CMU 13w Triple GX24g-1 Base
1050SQ18CMU 18w Triple GX24q-2 Base
1050SQ26CMU 26w Triple GX24g-3 Base

Input power

Frame-in kit Total watts Amp (120/277V)

1050SQ13CMU 16 137.06
1050SQ18CMU 20 A171.08
1050SQ26CMU 29 24/ 1

* Commercial version provides a universal 120/277V
HPF ballast

* Unique design focuses on ease of installation and
maintenance

* Only 3 1/2" high, installs in shallow plenums and can be
wall mounted
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Xceed CFL trims

5" Round trims

Xceed's optics are ideal for both residential and light commercial applications. These
dedicated optics have been designed for performance around energy efficient compact
fluorescent lamps. In fact, Xceed trims provide up to 30% more light than a 65W BR30 lamp.

Xceed trims provide superior cut-off, shielding and performance by using a high transmission

lens and horizontal lamping. Available in several popular finishes and two lens styles; solite

and frosted solite glass.

5" Xceed lensed downlight - round

Catalog no.

1050RNDLWB
1050RNDLCDW
1050RNDLCDP
1050RNDLWDW
1050RNDLWDP
1050RNDLWC
1050RNDLFGWB
1050RNDLFGCDW
1050RNDLFGCDP
1050RNDLFGWDW
1050RNDLFGWDP
1050RNDLFGWC

Frame-in kit

1050RN13ES Series
1050RN18ES Series
1050RN26ES Series
1050DRN26ES Series

1050RN13CMU Series 13w
1050RN18CMU Series 18w
1050RN26CMU Series 26W

Description

White baffle, white flange

Clear diffuse, white flange

Clear diffuse, clear diffuse flange

Warm diffuse, white flange

Warm diffuse, warm diffuse flange

White cone, white flange

White baffle, white flange, frosted glass

Clear diffuse, white flange, frosted glass

Clear diffuse, clear diffuse flange, frosted glass
Warm diffuse, white flange, frosted glass
Warm diffuse, warm diffuse flange, frosted glass
White cone, white flange, frosted glass

Wattage Lamping Reference data

13w (1) Triple Reflector 1050RNDLWB
18w (1) Triple Lamp 18W Triple
26w (1) Triple Lamp lumens 1200
26w (1) Triple Efflmgncy o 54.0%

(1) Triple Spacing criteria 1.3

(1) Triple

(1) Triple

Application data Single unit data 26W

Height to Initial center beam Beam
lighted plane foot-candles diameter
6' 8 8'
7 6 9'
8' 4 10'

Beam diameter is where foot-candles drop to 50% of

maximum.

1.170  Philips Lightolier

For complete specification information visit www.lightolier.com
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Xceed CFL trims

5" Round trims

Xceed optics are specifically designed to maximize performance:

» Uses 70% less energy than standard incandescent light bulbs
* High transmission lens increases performance while shielding the lamp from view

5" Xceed lensed slope / wall wash - round

Catalog no. Description

1050RNSLWWB White baffle, white flange
1050RNSLWCDW Clear diffuse, white flange
1050RNSLWCDP Clear diffuse, clear diffuse flange
1050RNSLWWDW Warm diffuse, white flange
1050RNSLWWDP Warm diffuse, warm diffuse flange
1050RNSLWWC White cone, white flange

1050RNSLWFGWB White baffle, white flange, frosted glass
1050RNSLWFGCDW  Clear diffuse, white flange, frosted glass
1050RNSLWFGCDP Clear diffuse, clear diffuse flange, frosted glass
1050RNSLWFGWDW  Warm diffuse, white flange, frosted glass
1050RNSLWFGWDP  Warm diffuse, warm diffuse flange, frosted glass
1050RNSLWFGWC White cone, white flange, frosted glass

Frame-in kit Wattage Lamping Reference data

1050RN13ES Series 13w (1) Triple Reflector 1050RNSLWWB
1050RN18ES Series 18w (1) Triple Lamp 18W Triple
1050RN26ES Series 26w (1) Triple Lamp lumens 1200
1050DRN26ES Series 26w (1) Triple Efficiency 479%

Spacing criteria 1.3

1050RN13CMU Series 13w (1) Triple
1050RN18CMU Series 18w (1) Triple
1050RN26CMU Series 26W (1) Triple

Multiple units - Footcandles on wall Multiple units - Footcandles on wall

2' from wall - 2' on center 3' from wall - 3' on center
O<--2--->14 O<--3-->14
1 2 2 2 1 6 5 6
T 2 30 30 30 5 2 13 11 13
e 3 c 3
2 4 15 15 15 2 4 1 11 1
8 5 10 10 10 8 5 9 9 9
E 6 7 7 7 E ¢ 7 7 7
o 7 5 57 5 5 5
o o
5 8 4 4 4 S 8 4 4 4
o ha}
A 9 3 3 3 A 9 3 3 3
10 2 2 2 10 2 2 2
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Xceed CFL trims

5" Square trims

Trims available include downlight and wall wash: All UL wet location listed trims.

* Performance trims offer superior efficiencies: 65% Square, 55% Round
* Available in matte white cone or baffle, clear diffuse and our new warm diffuse finish

* New Indirect trim provides up-lighting or step lighting in one trim style
* Polished flanges available in both round and square trims

A

5" Xceed lensed downlight - square 5" Xceed lensed step light / indirect light-square

— il
- =3
(95 mm)
Catalog no. Description
1050SQDLWB White baffle, white flange
1050SQDLCDW Clear diffuse, white flange Description
1050SQDLCDP Clear diffuse, clear diffuse flange Catalog no. Lensed square indirect
1050SQDLWDW Warm diffuse, white flange 1050SQINFBW flush - white
1050SQDLWDP Warm diffuse, warm diffuse flange
1050SQDLWC White cone, white flange Ref d
) ; eference data
1050SQDLFGWB White baffle, white flange, frosted glass
1050SQDLFGCDW  Clear diffuse, white flange, frosted glass Reflector 10505QINFBW
1050SQDLFGCDP Clear diffuse, clear diffuse flange, frosted glass Lamp 26W Triple
1050SQDLFGWDW  Warm diffuse, white flange, frosted glass t?f?zipercr;ens 13206;
1050SQDLFGWDP Warm diffuse, warm diffuse flange, frosted glass '
1050SQDLFGWC White cone, white flange, frosted glass
Lighting Single Unit — Footcandles on Horizontal Surface (Plan View)
N Luminaire 18" from Finished Surface 1 foot Grid Spacing
Frame-in kit Wattage Lamping
1050SQ13ES Series 13w (1) Triple
1050SQ18ES Series 18w (1) Triple " 1o
1050SQ26ES Series 26w (1) Triple (152mm) 0.
1050DSQ26ES Series 26w (1) Triple
1050SQ13CMU Series 13w (1) Triple ER
1050SQ18CMU Series 18w (1) Triple L
1050SQ26CMU Series 26w (1) Triple s
30" .
(89mm) h ’

Reference data

Application data Single unit data 26W

Height to initial center beam beam
Reflector 1050SQDLWB i -
Lamp 18W TSpIe L'ghtedl plane foot-candles d‘amveter Initial footcandles, luminaire wall mounted 18" from horizontal
Lamp lumens 1200 6 10 8 surface, luminaire beam toward horizontal surface. Corridor is 8'
Efficiency 65.4% ; 2 190- wide by 8' high. Reflectances: 80% ceiling, 50% wall, 20% floor.
Spacing criteria 1.3

1172  Philips Lightolier

Beam diameter is where foot-candles drop to 50% of
maximum.

For complete specification information visit www.lightolier.com



Xceed CFL trims

5" Square trims and wall wash

The ability of a product to perform while saving time and money is the key to providing

value to all our customers. Xceed accomplishes this on several levels:

* Unique design focuses on ease of installation and maintenance

* A 2700K or 3500K lamp is included with every frame

* Out of the box, each frame is AirSeal®/insulated ceiling ready and is listed for both
Energy Star® and Title 24

Lytecaster — Specification — Downlighting

5" Xceed lensed slope / wall wash - square

Catalog no. Description

1050SQSLWWB White baffle, white flange
1050SQSLWCDW Clear diffuse, white flange
1050SQSLWCDP Clear diffuse, clear diffuse flange
1050SQSLWWDW Warm diffuse, white flange
1050SQSLWWDP Warm diffuse, warm diffuse flange
1050SQSLWWC White cone, white flange
1050SQSLWFGWB White baffle, white flange, frosted glass
1050SQSLWFGCDW Clear diffuse, white flange, frosted glass
1050SQSLWFGCDP Clear diffuse, clear diffuse flange, frosted glass
1050SQSLWFGWDW Warm diffuse, white flange, frosted glass
1050SQSLWFGWDP Warm diffuse, warm diffuse flange, frosted glass
1050SQSLWFGWC White cone, white flange, frosted glass

Frame-in kit Wattage Lamping Reference data

1050SQ13ES Series 13w (1) Triple Reflector 1050SQSLWWB
1050SQ18ES Series 18w (1) Triple Lamp 18W Triple
1050SQ26ES Series 26w () Triple Lamp lumens 1200
1050DSQ26ES Series 26w (1) Triple Efficiency 47.9%
1050SQ13CMU Series 13w (1) Triple Spacing criteria 1.3
1050SQ18CMU Series 18w (1) Triple

1050SQ26CMU Series 26w (1) Triple

Multiple units - Footcandles on wall

Multiple units - Footcandles on wall

2' from wall - 2' on center 3' from wall - 3' on center

O<--2-->[14 O<--3-->[14
1 2 18 2 1 6 6 6

P -
s 2 33 31 33 8 2 12 12 12
s 3 s 3
2 4 18 18 18 g 4 12 12 12
g 5 13 9 13 g s 10 10 10
g 6 9 7 9 g 6 8 8 8
s 7 7 5 7 7 6 6 6

(v} v
< 3 5 6 5 S 8 5 5 5

7 7
a 9 4 5 4 a 9 4 4 4
10 3 4 3 10 3 3 3
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Uniframe series

LED, CFL, Metal halide and incandescent

Uniframe fixtures provide the project team with performance, flexibility, and ease
of installation. Uniframe reflectors use specific trim/lamp combinations to maximize
performance. Additionally the Uniframe housing is compatible with more than 60 standard

Lytecaster trims.

Lytecaster Uniframe LED

Uniframe sets the standard with the widest
CHANGE FOR THE

BETTER WITH
ENERGY STAR

array of energy efficient products in the
industry’s easiest to install commercial
design. Available in cutting edge LED
technology, Uniframe is also available in HID
and Compact Fluorescent lamp sources.

* Tool-free installation

* 900 lumens replaces 75w incandescent

* Available in 5" & 6" apertures

* Uses 75% less energy than incandescent

* Use existing Lytecaster trims for added
flexibility and ceiling consistency.

* Replace existing incandescent sources with
comparable lighting and aesthetics

LED available in 900 lumens

Uniframe LED provides all the great tool-free installation features of the original Uniframe
product while providing 900 lumens of light using 75% less energy than comparable

incandescent lamps.

Grid lock

Grid lock
i ».Outside

Inside
Boll
3

Joist finder Nailing tabs T-Bar Adjustable Horizontal adjustment

Tool-free installation in grid ceiling.

Design secures tile Easily adjusts Locking mechanism
Automatically adjusts to any T-Bar construction with integrated nailing down on T-Bar eliminating from 16" O.C. eliminates frame
height, width, and ceiling thickness tabs and vertical alignment tabs for the tile floating upward wood joists to movement.
with our new Grid-Lock™ standard joists and strapping. during trim installation. 24" O.C. T-Bar.

1.174  Philips Lightolier For complete specification information visit www.lightolier.com
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Lytecaster remodeler LED

CANGERTE advantage

BE
ENERGY STAR

\/Easil\/ installs into existing
ceilings from below.

\/Add energy efficient
lighting to any room.

* Easily installs into existing ceilings

v/ Replace existing fixtures
with comparable
lighting using a fraction
of the energy.

* Equal to a 75W incandescent
* Uses 75% less energy than incandescent
* Improved cut-off and optic performance

» Comparable design to our 5" 1003R /
6" 1103R remodeler

Step 1 Remove the incandescent lamp and pull the Step 2 Attach the male screw shell to the lamp socket Step 3 Install the LED driver onto the frame by sliding
existing trim down from the ceiling. Place the trim to and secure to the socket cup. the driver clip under the frame.
the side.

Step 4 Install the heat sink into the trim and clip the Step 5 Push the trim back into the ceiling.
wiring to the top of the heat sink. Lytecaster LED is
compatible with dozens of existing trims.

Retrofit kit provides the same light engine for installation in the 5" and 6" Lytecaster frames (1002P1 and
1102P1). See Standard Downlighting Section for this product.

L * Tool-free installation
(orrfig * Easily installs as a retrofit or as an energy efficient new

CHANGE FORTHE X X
BNERGY ST construction downlight

* Uses 75% less energy than incandescent
* Dimming models use existing incandescent dimmer and wiring:
saving money and labor
* Use existing Lytecaster trims for added flexibility and ceiling consistency.
* Replace existing incandescent sources with comparable lighting

and aesthetics

Comprehensive lighting catalog 7th Edition  1.175



Downlighting — Specification — Lytecaster

Uniframe LED non-IC housing

5" & 6 3/4" Frame-in kits

Designed with the same features as the hugely successful Uniframe CFL, this model provides
all the energy efficiency of our state of the art LED system and combines it with the
revolutionary design of Uniframe. The result, a product that uses /3 the energy and installs

in 72 the time of other frames... that's a winning combination!

5" Uniframe LED new construction non-IC — 900 lumen — housing

Designed for new construction where insulation will not be installed. Frame-in kit accommodates ceilings up to 1 1/2" thick. “Push In
/ Twist Out” Stainless Steel trim clips hold reflector flush to ceiling.

Catalog no. Color Input Wattage Lumens*

1001LEDO9N271 2700K 120v 19w 900 Cutout 51/4"
1001LEDO9N272 2700K 277v 19w 900 Width 9"

1001LEDO9N351 3500K 120v 19w 900 Length  1215/16"
1001LEDO9N352 3500K 277v 19w 900 Depth  See specification sheet

Add suffix "EM" for factory installed battery pack.

634" Uniframe LED new construction non-1C

Designed for new construction where insulation will not be installed. Frame-in kit accommodates ceilings up to 1 1/2" thick. “Push In
/ Twist Out” Stainless Steel trim clips hold reflector flush to ceiling.

Catalog no. Color Input Wattage Lumens*

1101LEDO9N271 2700K 120v 19W 900 Cutout 615/16"
1101LEDO9IN272 2700K 277v 9w 900 Width 9"

1101LEDO9N351 3500K 120v 19W 900 Length 12 15/16"
1101LEDO9N352 3500K 277v 19w 900 Depth  See specification sheet

Add suffix "EM" for factory installed battery pack.

674" Uniframe LED new construction non-IC - dimming

Catalog no. Color Input Wattage Lumens*
1101LEDO9N27D1 2700K 120v 23W 900 Cutout 615/16"
1101LEDO9N35D1 3500K 120v 23W 900 Width 9"

Length 12 15/16"
Depth  See specification sheet

1476  Philips Lightolier For complete specification information visit www.lightolier.com
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LED remodeler housing

5" & 6 3/4" Remodeler frame-in kits

Designed to install in existing ceilings from below, this frame-in kit allows you to add state of

the art LED technology to any space. The unique mounting ring securely holds to the ceiling
while securing the trim for a flawless installation.

* Two-part system: Frame-in kit with integral light engine and trim

5" LED remodeler non-IC — housing

Cutout 51/2"

Width  613/32"

Length 16 13/16"

Depth  See specification sheet

Non-dimming

Max Max Minimum
Catalog no. Color Input Wattage Lumens* Input Input input input  Max Power operating
1000LEDO9R271 2700K 120v 190 900 voltage frequency current power THD factor temperature
1000LEDO9R351 3500K 120v 19W 900 120V 50/60Hz 0.6 20W <20% >9 -20°C
" A \ K . .
5" LED remodeler non-IC — dimming Dimming
Max Max Minimum %
Catalog no. Color Input Wattage Lumens* Input Input input input  Max Power operating minimum
1000LEDO9R27D1 2700K 120v 23W 900 voltage frequency current power THD factor temperature dimming
1000LEDO9R35D1 3500K 120v 23W 900 120V 50/60Hz 0.2 23W <20% >9 -20°C <5%
3/n
67" LED remodeler non-IC Non-dimming
Max Max Minimum
Catalog no. Color Input Wattage Lumens* Input Input input input  Max Power operating
1100LEDO9R271 2700K 120v 19w 900 voltage frequency current power THD factor temperature
1100LEDO9R351 3500K 120v 19W 900 120V 50/60Hz 0.6 20W  <20% >9 -20°C
3/m _di Nk N
67" LED remodeler non-IC — dimming Dimming
Max Max Minimum %
Catalog no. Color Input Wattage Lumens* Input Input input input  Max Power operating minimum
1100LEDO9R27D1 2700K 120v 23W 900 voltage frequency current power THD factor temperature dimming
1100LEDO9R35D1 3500K 120v 23W 900 120V 50/60Hz 0.2 W <20% >9 -20°C < 5%
Designed for existing construction where insulation will not be installed. Pre-installed Cutout 71/8"
mounting straps secure flanged ring without tools and without damaging plaster or Width 6 13/32"
gypsum ceilings up to 2" thick. Junction box allows direct "daisy-chain" wiring to other Length 18 7/16"
fixtures. Tool-free cable clamps allow fast, convenient installation, for nonmetallic Depth  See specification sheet

(Romex®) cable

* Lumen performance varies by color temperature, driver and trim option. Please reference
specification sheets for performance details.
## See LED-DIM specification sheet for compatible dimmers.
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| — Uniframe LED trims
@T, T‘\’ 5" Trims

Lytecaster significantly expands the flexibility of its LED offering with the compatibility
of dozens of existing trim styles. This approach provides numerous advantages:

* Provide superior aesthetics, cut-off and performance

* Maintain consistency across the ceiling

* Expand your design options with numerous trim styles and finishes

5" Aperture cone  [BY '\ 5" Basic white reflector  |BY ﬂ

. ] I
q ti\ 69/16" 69/16"
 —
Reflector 1l

1071 Perma white

Reflector
1008 Brushed gold 1008NM Brushed gold, natural metal flange
1010 Brushed clear  1010NM Brushed clear, natural metal flange 5" Pinhole u ﬂ
1012 Specular gold  1012NM Specular gold, natural metal flange -
1013 Specular clear  1013NM Specular clear, natural metal flange ‘
1013BK Specular black  1013BKNM Specular black, natural metal flange
1013CD Clear diffuse 1013CDNM Clear diffuse, natural metal flange - e
1013WH Matte white

Reflector B

" 1011 Matte white
5" Step baffle [BY TN Facenlore
690" 5" Step baffle wall washer
=

Reflector
1005 Matte black
1005WH Matte white Reflector
1005NM Matte black, natural metal flange 1035 Matte black step baffle mene
1005BNM Natural metal baffle, natural metal flange 1035WH Matte white step baffle

5" Basic baffle [BY '\ 5" Basic wall washer  |BY

a\\

k= 3

~ mb

1076 Matte black 1085 Gloss white
1076 WH  Gloss white

63/4"

Reflector

296

1.178  Philips Lightolier For complete specification information visit www.lightolier.com
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Uniframe LED trims

5" Trims

5" Lensed wet location  [BY

L

Reflector

1090 Etch white

5" Opalex dropped wet location [ %) |

Reflector kg

1078 Lexan

5" Cratere Dome Y

Reflector

1024 Cratere Glass
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>

Uniframe LED trims

6 3/4" Trims

Lytecaster significantly expands the flexibility of its LED offering with the compatibility

of dozens of existing trim styles. This approach provides numerous advantages:

* Provide superior aesthetics, cut-off and performance

* Maintain consistency across the ceiling

* Expand your design options with numerous trim styles and finishes

6 74" Basic eyelid wall washer

‘-

Reflector

1195 Specular gold
1196 Specular clear
1196CD  Clear diffuse

63" Opal disk Y
m

Reflector

1121 Opal glass

6 74" Basic eyelid wall washer

Reflector

1185 Gloss white

| 7/@

EY A

314

67" Fresnel lenslite  |BY

Reflector

1126 Fresnel lens

624" Lensed wet location

[ |
< Ty

Reflector

1190 Etch white

634" White diffuser  BY

—
\

Reflector

1128 White Diffuser

6%" Cratere dome  |BY

Reflector

1124 Cratere glass

6%" Opalex flush  [BY

Reflector

1177SH

Lexan diffuser

674" Opal dome
/'_\

Reflector

1134 Opal glass

1180  Philips Lightolier

6%4" Opalex dropped diffuser

Reflector

1178SH

Lexan Diffuser

For complete specification information visit www.lightolier.com
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Uniframe LED trims

6 3/4" Trims

6%" Deep anodized [BY N 67" Step baffle [[BY PN

¢ ’ 715/16"
Reflector Reflector
1145 Specular gold 1105 Matte black
1146 Specular clear 1105NM Matte black, natural metal flange
1146CD  Clear diffuse 1105BNM Natural metal baffle, natural metal flange

1105WH Matte white

6 %" Shallow anodized [BY PN 67" Basic baffle [[BY TN

a4 P T —— T L};ﬂ&

E=2

Reflector Reflector
1143 Specular gold 1176 Black
1144 Specular clear 1176WH  Gloss white

1144CD  Clear diffuse

67" Aperture cone B TN 6%" Cross blade BY '\
< »

 —)

Reflector
1132 White
Reflector
1108 Brushed gold ~ 1108NM Brushed gold, natural metal flange 634" Basic white reflector
1110 Brushed clear  1110NM Brushed clear, natural metal flange
1112 Specular gold  1112NM Specular gold, natural metal flange
113 Specular clear  1113NM Specular clear, natural metal flange

1113BK Specular black  1113BKNM  Specular black, natural metal flange
1113CD  Clear diffuse 1113CDNM  Clear diffuse, natural metal flange
1113WH  Matte white

Reflector

1171 Gloss white
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Designed for new construction where
insulation will not be installed. Frame-in kit
accommodates ceilings up to 1 1/2" thick.
“Push In/ Twist Out” Stainless Steel trim
clips hold reflector flush to ceiling.

Universal electronic ballast

120V — 277V UL Listed Electronic Ballast,
end of lamp life protection, class “P"
thermally protected, class “A” sound rating.

Minimum starting temperature is 0°F.

Dimming

Dimming provides even more flexibility and
performance. Electronic ballasts accurately
reduce light output to match the consumers’
needs. Dim lighting to comfortably watch
television, host a dinner party or set
appropriate light levels for different tasks.
Dimming allows greater control, energy

savings and exceptional performance.

1182  Philips Lightolier

Uniframe CFL housings

3%", 5", 6%" Non-IC frame-in kits

Philips Lightolier is dedicated to providing Energy Smart lighting. Our fixtures utilize the most

efficient light sources and are carefully designed around them to provide the highest light

output while maintaining shielding for comfortable, glare-free installations in three unique

aperture sizes.

Uniframe 324" new construction

2001F13U 13w Quad/Triple Tube
G249-1/GX249-1 Base
2001F18U 18w Triple Tube GX24qg-2 Base

Cut out 315/16"

Width 7 3/4"

Length 12 15/16"

Depth See specification sheet

Input power
Frame-in kit Total watts

2001F13U 16w
2001F18U 19w

Amp (120/277V)

0.13/0.06
0.16/0.07

Uniframe 5" new construction

1001F13U 13w Quad/Triple Tube
G249-1/GX249-1 Base

1001F18U 18w Triple Tube GX24g-2 Base

1001F26U 26w Triple Tube GX24q-3 Base

Cutout  571/4"

Width 73/4"

Length 12 15/16"

Depth See specification sheet

Input power

Frame-in kit Total watts Amp (120/277V)

1001F13U 16w 0.13/0.06
1001F18U 20w 0.17/0.08
1001F26U 29w 0.24/0.11

Uniframe 5" new construction - dimming

26w Triple tube Gx24qg-3 base - only

* Lutron compact SE 5%

1001FD26MX1 (Advanced Mark10 26W 120v)
1001FD26MX2 (Advanced Mark10 26W 277v)
1001FD26M7U (Advanced Mark7 26W 120/277v)
1001FD26L1 (Lutron* 26w 120v)
1001FD26L2 (Lutron* 26w 277v)

Cut out 51/4"

Width 7 304"

Length 12 15/16"

Depth See specification sheet

Input power

Frame-in kit  Total watts Amp (120/277V)
1001FD26MX1 31w 0.26 (120v)
1001FD26MX2 31w 011 (277v)
1001FD26M7U 31w 0.26/0.11
1001FD26L1 31w 0.26 (120v)
1001FD26L2 31w 012 (277v)

For complete specification information visit www.lightolier.com
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Uniframe CFL housings

3%", 5", 6%" Non-IC frame-in kits Vi
~
Uniframe 6 74" new construction Mounting — grid ceiling
Tool free mounting in grid ceilings. Galvanized
1101F18U 18w Triple Tube GX24q-2 Base Steel interlocking slide bars adjust to 24 1/8" long
1101F2642U 26w Triple Tube GX24g-3 Base accommodating 24" O.C. Ceiling Grid. Adjustable speed
32w Triple Tube GX24g-3 Base clamps for positive attachment to grid ceiling systems.

42w Triple Tube GX24g-4 Base

Cut out 6 15/16" . . o
Width 7 374" Mounting — wood joist ceiling

Length 12 15/16" Integral nailing ta}bs, ali‘gnment guides‘, f.ast‘ener hg\es and

Depth See specification sheet bendable strapping guides for wood joist installation.
Galvanized Steel interlocking slide bars adjust from 12
15/16" to 24 1/8" long to accommodate 16" and 24" O.C.
joist spacing, with or without strapping.

Input power
Frame-in kit Total watts Amp (120/277V)

1101F18U 20w 0.17/0.08

1101F2642U 29w 0.24/011 (26w)
1101F2642U 36w 0.31/0.13 (32w)
1101F2642U 46w 0.38/0.17 (42w)

Uniframe 6 %" new construction - dimming
26w Triple tube Gx24qg-3 base - only

1101FD2642MX1  (Advanced Mark10 26-42W 120v)
1101FD2642MX2 (Advanced Mark10 26-42W 277v)
1101FD2642M7U (Advanced Mark?7 26-42w

120/277v)
1101FD26L1 (Lutron* 26w 120v)
1101FD26L2 (Lutron* 26w 277v)
1101FD32L1 (Lutron* 32w 120v)
1101FD32L2 (Lutron* 32w 277v)

Cut out 6 15/16"

Width 7 3/4"

Length 12.15/16"

Depth See specification sheet

Input power
Frame-in kit  Total watts Amp (120/277V)

. 1101FD26MX1 31w 0.26/011 (26w
* Lutron compact SE 5% 1101FD26MX2 38w O.32/0.’I4E32w§
1101FD26M7U 39w 041/0.18 (42w)

1101FD26L1 31w 0.26 (26w)

1101FD26L2 31w 012 (26w)

1101FD32L1 36w 031 (32w)

1101FD32L2 36w 013 (32w)
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Mounting — grid ceiling

Tool free mounting in grid ceilings. Galvanized

Steel interlocking slide bars adjust to 24 1/8" long
accommodating 24" O.C. Ceiling Grid. Adjustable speed
clamps for positive attachment to grid ceiling systems.

Mounting — wood joist ceiling

Integral nailing tabs, alignment guides, fastener holes and
bendable strapping guides for wood joist installation.
Galvanized Steel interlocking slide bars adjust from 12

15/16" to 24 1/8" long to accommodate 16" and 24" O.C.

joist spacing, with or without strapping.

1184  Philips Lightolier

Uniframe CFL housings

5" & 6 %" Emergency frame-in kits

Uniframe emergency lighting provides 60% light output for up to 90 minutes. This allows

visibility in areas of egress to allow people to move safely in the event of an emergency.

Uniframe 5" & 6 74" new construction - emergency

1001F18UEM 18w Triple Tube GX24q-2 Base
120v — 0.17amp max
277v — 0.08amp max

1001F26UEM 26w Triple Tube GX24q-3 Base
120v — 0.24amp max
277v — 0.11amp max

Cut out 51/4"

Width 9 5/8"

Length 1215/16"

Depth See specification sheet

Input power
Frame-in kit

Total watts

Amp (120/277V)

Designed for new construction where insulation will not
be installed. Frame-in kit accommodates ceilings up to 1
1/2" thick. “Push In / Twist Out” Stainless Steel trim clips
hold reflector flush to ceiling.

Universal electronic ballast: 120V — 277V UL
Listed Electronic Ballast, end of lamp life protection,
class "P" thermally protected, class “A"" sound rating.
Minimum starting temperature is 0°F.

Emergency battery: 90 minute battery backup at
650 lumens, complete with charge indicator light and
integrated test switch.

1101F2642UEM 26w Quad/Triple Tube
G24q-3/GX24qg-3
Base 120v — 0.33amp max
277v — 0.14amp max
32w Triple Tube GX24q-3 Base
120v — 0.40amp max
277v — 0.17amp max
42w Triple Tube GX24qg-4 Base
120v — 0.53amp max
277v — 0.23amp max

Cutout  615/1¢"

Width 9 5/8"

Length 12 15/16"

Depth See specification sheet

Input power

Frame-in kit Total watts  Amp (120/277V)

1001F18UEM
1001F26UEM

20w 0.17/0.08
29w 0.29/0.11

Emergency lumen output

Uniframe wattage

18
26
32
42

EM Lamp lumens EM#
350 1-42-EM
425 1-42-EM
600 1-42-EM
750 1-42-EM

1101F2642UEM 29w 0.24/0.11
36w 0.31/0.13
46w 0.38/0.17

For complete specification information visit www.lightolier.com
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Uniframe CFL housings

5" & 6%" Remodeler frame-in kits LS

Remodeler Frame-in Kits allow installation of recessed downlights in existing ceilings. Update

any existing space within a structure to have energy efficient compact fluorescent lighting.

Mounting — remodeler

N n 3/n
Uniframe 5" & 6 %" remodeler Accommodates existing ceilings up to 2" thick. Attaches
) o » ) } ) securely to any type of ceiling material without tools
De§|gned for existing ceilings where msulatpn will not using (3) mounting straps provided. Push-in/twist-out
be installed. Frame-in kit accommodates ceilings up to

o clips hold reflector flush to ceiling. Includes adhesive

2" thick.
backed aperture template.

Universal electronic ballast: 120V - 277V UL

Listed Electronic Ballast, end of lamp life protection,

class "P" thermally protected, class “A” sound rating.

Minimum starting temperature is 0° F.

1001FR18U 18W Triple Tube GX24q-2 Base 1101FR18U  18W Quad/Triple Tube
1001FR26U 26W Triple Tube GX24g-3 Base G24q-2/GX24g-2 Base
Cut out 51/ 1101FR2642U 26W Quad/Triple Tube
Width N/A G2449-3/GX244-3 Base
Length 112" 32W Tr!p\e Tube GX24g-3 Base
Depth See specification sheet 42W Triple Tube GX24q-4 Base
Cut out 51/4"
Width 95/8"
Length 12.15/1¢6"
Depth See specification sheet
Input power Input power
Frame-in kit  Total watts Amp (120/277V) Frame-in kit  Total watts Amp (120/277V)
1001FR18U 20w 0.17/0.08 1101FR18U 20w 0.17/0.08
1001FR26V 29w 0.24/0.11 1101FR2642U 29w 0.24/0.11 (26W)
1101FR2642U 36w 0.31/0.13 (32W)
1101FR2642U 46w 0.38/0.17 (42W)

Uniframe 5" & 6 %4" remodeler - dimming

Designed for existing ceilings where insulation will not
be installed. Frame-in kit accommodates ceilings up to
2" thick.

Universal electronic ballast: 120V — 277V UL
Listed Electronic Ballast, end of lamp life protection,
class “P" thermally protected, class “A” sound rating.
Minimum starting temperature is 0° F.

1001FRD26MX1 26w Triple Tube GX24g-3 Base 1101FR2642MX1 26w Quad Tube — 26-42W Triple
(Advance Mark10 — 120v) (Advance Mark10 — 120v)
1001FRD26MX2 26w Triple Tube GX24g-3 Base 1101FR2642MX2 26w Quad Tube — 26-42W Triple
(Advance Mark10 — 277v) (Advance Mark10 — 277v)
Cut out 512" Cut out 71/8"
Width 51/2" Width 71/8"
Length 1125/32" Length 13 9/32"
Depth See specification sheet Depth See specification sheet
Input power Input power
Frame-in kit Total watts Amp (120/277V) Frame-in kit Total watts Amp (120/277V)
1001FRD26MX1 31w 0.26 1101FR2642MX1 31w 0.26 (26w)
1001FRD26MX2 31w 0.11 38w 0.32 (32w)
49w 041 (42w)
1101FR2642MX2 31w 011 (26w)
38w 0.14 (32w)
49w 0.18 (42w)
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a Uniframe CFL vertical trims

3%" Vertical trims

Uniframe professional optics provide the ultimate in performance and flexibility. All optics
focus on a specific trim / lamp for a performance combination while offering multiple lamp
options for increased flexibility.

* Performance optics provide excellent cut-off while maximizing efficiencies

* Only 3.5" ID for CFL aperture

* Superior performance and styling

Uniframe open downlight 'Y Uniframe single wall wash

A TS

71/4" Reference data 71/4"
Reflector 2001CL
Lamp 18W Triple
Lamp lumens 1200
Efficiency 47.6% 4 Reference data
- Spacing criterion 1.4 Reflector 2001CLSW
Reflector ‘ - Reflector Lamp 18W Triple
Conversion factor for finishes: 2001CLSW  Specular Lamp lumens 1200
2001CL Specu\gr clear CD = footcandle x 90 clear Efficienc 169%
2001CD  Clear diffuse WH = footcandle x .70 2001CDSW  Clear dif- ! :
2001WH  Matte white fuse
2001WHSW Matte
white

Application data Single unit data 18W

Multiple units (18W) Footcandles on wall

Height to Initial Beam
lighted  center beam diameter 2" from wall-2" on center
plane foot-candles L 2! e L]

\ \ 1 21 18 21
R I
6 7 g Distance 3 23 23 23

From 4 16 16 16

Beam diameter is where foot-candles drop to Ceiling 5 1 1 1

50% of maximum. in Feet 6 g g 3

7' 5 5 5

Multiple units (18W) 8 4 4 4

Spacingon  Average initial  Watts 9 3 3 3
center foot-candles sq. Ft.

4 50 2.06 Multiple units (18W) Footcandles on wall

5' 41 143 2' from wall-3" on center

6' 27 0.92 - 3 e [ ]

1" 16 12 16

24' x 24' x 8.5' room

Workplane 2.5' above floor 2' 20 19 20

80% / 50% / 20% reflectances Distance 3’ 15 16 15
From 4' " " "

Ceiling 5' 8 8 8

in Feet 6' 6 6 6

7' 4 4 4

8' 3 3 3

9' 2 2 2

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

1186  Philips Lightolier For complete specification information visit www.lightolier.com
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Uniframe CFL vertical trims

3%" Lensed vertical trims

Uniframe professional optics provide the ultimate in performance and flexibility. All optics

focus on a specific trim / lamp for a performance combination while offering multiple lamp
options for increased flexibility.

* Performance optics provide excellent cut-off while maximizing efficiencies Compatible frame in kits -
* Only 3.5 ID for CFL aperture Frame-in kit Wattage Lamping
* Superior performance and styling 2001F13 Series 13W (1) Triple or quad

2001F18 Series 18W (1) Triple or quad

2001F13IC Series  13W (1) Triple or quad

2001F18IC Series  18W (1) Triple or quad

Uniframe opal lensed downlight |8} Uniframe fresnel lensed downlight |8}

Reference data
Reflector 2001CLF
Lamp 18W Triple
Lamp lumens 1200
Efficiency 29.8%

Spacing 14
Criterion
Reflector Reflector Eﬁsg:;sion factor for
2001CLO  Specular clear igg:g;’; é;l)eculj_;fclear CD = footcandle x 1.03
2001CDO  Clear diffuse car ditiuse WH = footcandle x .88
2001WHO Matte white 2001WHF Matte white
Application data Single unit data 18W
: : Heigh | | B
Uniframe clear lensed downlight  [BY Y et
plane foot-candles
4! 10 6
5' 3 7'
6' 4 8'

Beam diameter is where foot-candles drop to
50% of maximum.

Multiple units (18W)
Spacingon  Average initial ~ Watts

center foot-candles sq. Ft.
4 20 1.38
5 14 0.96
6' 9 0.61

24' x 24' x 8.5' room
Workplane 2.5" above floor
Reflector 80% / 50% / 20% reflectances
2001CLC Specular clear
2001CDC Clear diffuse
2001WHC Matte white

Comprehensive lighting catalog 7th Edition  1.187



Downlighting — Specification — Lytecaster

"
e ¥

Frame-in kit Wattage Lamping
1001F13 Series 13w

(1) Triple or quad
(1) Triple or quad
1001F26 Series 26W (1) Triple

Uniframe CFL vertical trims

5" Vertical trims

Uniframe professional optics provide the ultimate in performance and flexibility. All optics
focus on a specific trim / lamp for a performance combination while offering multiple lamp
options for increased flexibility.

Uniframe 5" is the ideal choice for energy efficient residential and light commercial
applications. Its small size offers excellent optic performance in ceilings up to 9 1/2 ft while

maintaining style. Also available with dimming and emergency ballasts.

Wattage
1001F13 Series 3BW

Uniframe open downlight Uniframe double wall wash
e : Frame-in kit Lamping

1) Triple or quad

(
1001F18 Series 18W ) 1001F18 Series 18W (1) Triple or quad
) 1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple T 1001FD26MX Series 26W (1) Triple
1001FD26L Series  26W (1) Triple 1001FD26L Series  26W (1) Triple

818" 81/8"

Application data Single unit data 26W
Height to Initial Beam

- lighted  center beam diameter
Reflector plane  foot-candles Reflector
1001CL  Specular clear 3 14 8' 1001CLDW Specular clear
1001CD  Clear diffuse 7 10 9' 1001CDDW Clear diffuse
1001WH Matte white 8 8 10 1001WHDW Matte white

Reference data

Beam diameter is where foot-candles drop to
50% of maximum.

Multiple units (26W) Footcandles on wall

Reflector 1001CL 2' from wall-2' on center
Lamp 26W Triple P I -
Lamp lumens 1710 1 24 23 24
Efficiency 541% Multiple units (26W) > 35 34 35
Spacing criterion 1.3 Spacingon  Average initial  Watts Distance 3 ) 33 o
center foot-candles sq. Ft. From 4 25 25 25
Conversion factor for 4 54 1.69 Ceiling 5 18 19 18
finishes: 5 38 117 in Feet 3 13 13 13
CD = footcandle x .90 6' 24 0.75 7 10 10 10
WH = footcandle x .70 24" % 24' % 8.5' room Reference data g' 7 7 7
Workplane 2.5' above floor Reflector 1001CLSW 9' 6 6 6
80% / 50% / 20% reflectances Lamp 26W Triple
Lamp lumens 1710 Multiple units (26W) Footcandles on wall
Efficiency 54.2%

2" from wall-3' on center
[ 3! e []

Uniframe single wall wash o9 1319
- Frame-in kit Wattage Lamping Distance g ;;’ ii ;g

1001F13 Series 1BW (1) Triple or quad From 4 17 17 17

w 1001F18 Series 18W (1) Triple or quad Ceiling 5' 13 13 13

! 1001F26 Series 26W (1) Triple infeet 6 9 10 9
—_ 1001FD26MX Series 26\ (1) Triple ;’ Z, Z Z
1001FD26L Series 26W (1) Triple o 4 4 4

81/8"

Reflector

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

1001CLSW Specular clear
1001CDSW Clear diffuse
1001WHSW Matte white

1188  Philips Lightolier For complete specification information visit www.lightolier.com
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Uniframe CFL horizontal trims

5" Horizontal trims

Uniframe puts a unique spin on a classic look with our new floating cross blade design. i |

With rounded edges that float off of the cone, this new design gives the standard crossblade

a softer look while effectively shielding the lamp source.

A

Frame-in kit

Uniframe open downlight

Wattage Lamping

1001F13 Series 1BW (1) Triple or quad

1001F18 Series 18W (1) Triple or quad
1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple
1001FD26L Series 26W (1) Triple
1001F13IC Series  13W (1) Triple or quad
1001F18IC Series  18W (1) Triple or quad
. 1001F26IC Series  26W (1) Triple
5 31’ 8 1001FDIC Series ~ 26W (1) Triple
Application data Single unit data 26W
Reflector
Height to Initial center beam Beam
1001HCL Specular clear i h
ighted plane foot-candles diameter
1001HCD Clear diffuse o " g
1001HWH Matte white 7 n g
Reference data 8' 9 9'
Reflector 1001HCL Beam diameter is where foot-candles drop to 50% of
Lamp 26W Triple maximum.
Lamp lumens 1710 Multiple units (26W)
Efficiency 58.6% Spacing on Average initial Watts
Spacing criterion 1.2 center foot-candles sq. Ft.
Conversion factor for 4: 58 1.63
finishes: 5 40 113
6' 26 0.72

CD = footcandle x .90

WH = footcandle x .70 24' x 24' x 8.5' room; Workplane 2.5' above floor

80% / 50% / 20% reflectances

Uniframe cross blade

A

Frame-in kit Wattage Lamping

R 1001F13 Series 13W
1001F18 Series 18W
1001F26 Series 26W

(1) Triple or quad
1) Triple or quad
1) Triple

1001FD26MX Series 26W 1) Triple
1001FD26L Series  26W 1) Triple
1) Triple or quad

1001F18IC Series  18W
1001F26IC Series  26W
1001FDIC Series 26W

1) Triple or quad
1) Triple

(
(
(
(
1001F13IC Series 13W (
(
(
(1) Triple

Reflector Application data Single unit data 26W
1001HACB Aluminum ! Hheiiht‘to Initifa\ cente(rjlbeam d‘Beam
1001HWHCB Matte white ighted plane oot-candles lameter
3 " 5
Reference data 7 8 ¢
Reflector 8' 6 7'
1001HWHCB ) Beam diameter is where foot-candles drop to 50% of
Lamp 26W Triple maximum.
Lamp lumens 1710
Efficiency 31.3% Multiple units (26W)
Spacing criterion 0.9 x 1.0 Spacing on Average initial Watts
o center foot-candles sq. Ft.
Conversion factor for finishes: -
_ 4 30 1.88
CD = footcandle x .90 )
WH = footcandle x .70 > 2 1.30
3 14 0.83

24" x 24' x 8.5' room; Workplane 2.5' above floor
80% / 50% / 20% reflectances

- Frame-in kit Wattage Lamping
1001F13 Series 1B3W

Uniframe single wall wash

(1) Triple or quad

1001F18 Series 18W (1) Triple or quad
1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple
1001FD26L Series 26W (1) Triple

1001F13IC Series 13W
1001F18IC Series  18W
1001F26IC Series  26W
1001FDIC Series 26W

(1) Triple or quad
(1) Triple or quad
(1) Triple
(1) Triple

Reflector

1001HCLSW Specular clear
1001HCDSW Clear diffuse
1001HWHSW Matte white

Multiple units (26W) Footcandles on wall

2' from wall-2' on center
- 2" e []

1 29 27729
2! 43 43 43

Distance 3 33 33 33

From 4 24 25 24

Ceiling 5' 17 18 17

in Feet 6' 12 13 12

Reference data 7' 9 9 9
Reflector 1001HCLSW 8 7 7 7
Lamp 26W Triple 9 5 5 5

Lamp lumens 1710

Efficiency 53.4% Multiple units (26W) Footcandles on wall
Conversion factor for finishes: 2" from wall-3' on center

CD = footcandle x .90 [ep— 3 n

WH = footcandle x .70 1 23 16 23
2! 27 29 27

Distance 3! 23 21 23

From 4' 17 17 17

Ceiling 5' 12 12 12

in Feet 6' 9 9 9

7 7 7 7

8' 5 5 5

9 4 4 4
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showers, spas or outdoor overhangs.

Uniframe CFL horizontal trims

5" Horizontal lensed trims

Uniframe's three lensed products have a variety of lens styles. UL listed for wet locations,
these trims provide an Incandescent-like light source in an energy efficient package ideal for

Uniframe opal lensed downlight

Reflector

1001HCLO Specular clear
1001HCDO Clear diffuse
1001HWHO Matte white

Reference data

(3 1A

Frame-in kit Wattage Lamping

1001F13 Series 1BW (1) Triple or quad

1001F18 Series 18W (1) Triple or quad
1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple
1001FD26L Series 26W (1) Triple
1001F13IC Series  13W (1) Triple or quad
1001F18IC Series  18W (1) Triple or quad
1001F261C Series  26W (1) Triple
1001FDIC Series 26W (1) Triple

Application data Single unit data 26W

Uniframe clear lensed downlight

Reflector

1001HCLC Specular clear
1001HCDC Clear diffuse
1001HWHC Matte white

Reference data

(S HA

Frame-in kit Wattage Lamping
1001F13 Series 1BW (1) Triple or quad
1001F18 Series 18W (1) Triple or quad
1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple
1001FD26L Series  26W (1) Triple
1001F13IC Series  13W (1) Triple or quad
1001F18IC Series  18W (1) Triple or quad
1001F26IC Series  26W (1) Triple
1001FDIC Series 26W (1) Triple

Application data Single unit data 26W

Reflector 1001HCLO  Heightto Initial Beam Reflector 1001HCLO  Heightto Initial Beam
Lamp 26W Triple lighted  center beam diameter Lamp 26W Triple lighted  center beam diameter
Lamp lumens 1710 plane  foot-candles Lamp lumens 1710 plane  foot-candles
Efficiency 36.6% 6 10 7 Efficiency 42.8% 6 14 6
Spacing criterion 1.2 7' 8 8' Spacing criterion 1.1 7 10 7'

8' 6 9' 8' 0 8'

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Beam diameter is where foot-candles drop to 50% of
maximum.

Multiple units (26W)

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4 36 1.88
5' 25 1.30
6' 16 0.83

24" x 24' x 8.5' room
Workplane 2.5' above floor
80% / 50% / 20% reflectances

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Beam diameter is where foot-candles drop to 50% of
maximum.

Multiple units (26W)

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4! 42 1.88

5 29 1.30

6' 19 0.83

24'x 24' x 8.5' room
Workplane 2.5" above floor
80% / 50% / 20% reflectances

Uniframe fresnel lensed downlight

1.190

Philips Lightolier

EY N

Frame-in kit Wattage Lamping
1001F13 Series 1BW (1) Triple or quad
1001F18 Series 18W (1) Triple or quad
1001F26 Series 26W (1) Triple
1001FD26MX Series 26W (1) Triple
1001FD26L Series  26W (1) Triple
1001F13IC Series  13W (1) Triple or quad
1001F18IC Series  18W (1) Triple or quad
1001F261C Series  26W (1) Triple
1001FDIC Series 26W (1) Triple

Reflector Application data Single unit data 26W
1001HCLF  Specular clear Height to Initial Beam
1001HCDF Clear diffuse lighted  center beam diameter
1001HWHF Matte white plane _ foot-candles

6' 16 5'
Reference data 7 1 6
Reflector 1001HCLF 8' 9 7'
Lamp 26W Triple Beam diameter is where foot-candles drop to 50% of
Lamp lumens 1710 maximum.
Efficiency 40.8%

Spacing criterion 0.9

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Multiple units (26W)

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4' 4 1.88

5 28 1.30

6 18 0.83

24'x 24' x 8.5' room
Workplane 2.5' above floor
80% / 50% / 20% reflectances

For complete specification information visit www.lightolier.com



Uniframe CFL horizontal trims

6" Horizontal trims

With the introduction of Uniframe, Lytecaster now offers both single and double wall
washers for demanding commercial applications. Single and double wall washers are

designed to provide a uniform distribution of light along the vertical surface while providing

room side downlighting to provide continuity throughout the space.

Lytecaster — Specification — Downlighting

Uniframe open downlight

|

Reflector

1101HCL Specular clear J—
1101HCD Clear diffuse

6 3/8"

A

Frame-in kit

Wattage Lamping

1101HWHMatte white
Reference data

Reflector 1101HCL
Lamp 32W Triple
Lamp lumens 2200
Efficiency 62.0%

Spacing criterion 1.2
Conversion factor for finishes:

CD = footcandle x .90
WH = footcandle x .70

Application data Single unit data 32W

1101F18 Series 18W
1101FR18 Series 18W
1101F2642 Series
1101FD2642 Series 26/32/42W (1) Triple or quad
1101FD26L Series 26W
1101FD32L Series 32W
1101F18IC Series 18W
1101F2642IC Series 26/32/92W (1) Triple or quad
1101FDIC Series

(1) Triple or quad
(1) Triple or quad
26/32/42W (1) Triple or quad

(1) Triple or quad
(1) Triple or quad
(1) Triple or quad
26/32W (1) Triple or quad

Multiple units (26 W)

Height to Initial Beam

lighted  center beam diameter
plane foot-candles
6' 20 8'
8' " 10"
10 7 12

Beam diameter is where foot-candles drop to
509% of maximum.

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4! 78 194
5' 54 1.35
6' 35 0.86

24" x 24' x 8.5' room
Workplane 2.5' above floor
80% / 50% / 20% reflectances

Uniframe single wall wash

Reflector

1101HCLSW Specular
clear
1101HCDSW Clear diffuse

Frame-in kit

Wattage Lamping

1101HWHSW Matte white 1101F18 Series 18w
1101FR18 Series  18W

1101F2642 Series
1101FD2642 Series 26/32/42W (1) Triple or quad
1101FD26L Series 26W
1101FD32L Series 32W
1101F18IC Series 18W
1101F2642IC Series 26/32/42W (1) Triple or quad
1101FDIC Series

(1) Triple or quad
(1) Triple or quad
26/32/42W (1) Triple or quad

(1) Triple or quad
(1) Triple or quad
(1) Triple or quad

26/32W (1) Triple or quad

Reflector

Frame-in kit

Wattage Lamping

1101HACB  Aluminum

1101F18 Series 18W

(1) Triple or quad

1101HWHCB Matte white 1101FR18 Series 18W (1) Triple or quad
Reference data 1101F2642 Series  26/32/42W (1) Triple or quad
1101FD2642 Series 26/32/42W (1) Triple or quad
Reflector ~ 1101HWHCB 1101FD26L Series 26W (1) Triple or quad
Lamp 32W Triple  1101FD32L Series 32W (1) Triple or quad
Lamp lumens 2200 1101F18IC Series  18W (1) Triple or quad
Efficiency —~~37.5% 1101F26421C Series 26/32/42W (1) Triple or quad
Spacing criterion 0.8 x 1.0 | .
1101FDIC Series  26/32W (1) Triple or quad

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Application data Single unit data 32W

Multiple units (32W)

Height to Initial Beam

lighted  center beam diameter
plane foot-candles

6 18 6

7 14 7

8' 10 8'

Beam diameter is where foot-candles drop to
50% of maximum.

Reference data

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4' 47 219
5' 32 1.52
6' 21 097

24" x 24" x 8.5' room
Workplane 2.5" above floor
80% / 50% / 20% reflectances

Conversion factor for finishes:
CD = footcandle x .90

Reflector 1MOTHCLSW 1 = tsotcandie x 70
Lamp 42W Triple
Lamp lumens 3200
Efficiency 61.4%
Multiple units (42W) Footcandles on Multiple units (42W) Footcandles on
wall wall
3" from Wall-3' on Center 4" from Wall-4' on Center
- 3 e ] - 4" eeeen []

1" 22 20 22 1' 7 6 7

2' 47 48 47 2' 21 20 21
Distance 3 47 47 47 Distance 3 29 30 29
From 4' 35 34 35 From 4' 26 26 26

Ceiling 5' 28 28 28
in Feet 6 22 22 22
7' 17 17 17
8 14 14 14
9' 1 1 1

Ceiling 5' 21 20 21
in Feet 6' 18 17 18
7' 15 15 15
8' 14 14 14
9' 10 10 10
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Uniframe CFL horizontal trims

6%" Horizontal lensed trims

Uniframe’s three lensed products have a variety of lens styles and offer up to a 42 watt

compact fluorescent lamp. UL listed for wet locations, these trims provide an Incandescent-

like light source in an energy efficient package ideal for showers, spas or outdoor overhangs.

Reflector

1101HCLO Specular clear
1101HCDO Clear diffuse
1101HWHO Matte white
Reference data

Frame-in kit

Wattage Lamping

Reflector 1101HCLO
Lamp 32W Triple
Lamp lumens 2200
Efficiency 46.3%

Spacing criterion 1.2

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Application data Single unit data 32W

1101F18 Series
1101FR18 Series
1101F2642 Series
1101FD2642 Series
1101FD26L Series
1101FD32L Series
1101F18IC Series

18W (1) Triple or quad
18W (1) Triple or quad
26/32/42W (1) Triple or quad
26/32/42W (1) Triple or quad

26W (1) Triple or quad
32W (1) Triple or quad
18W (1) Triple or quad

1101F2642IC Series 26/32/42W (1) Triple or quad

1101FDIC Series

26/32W (1) Triple or quad

Multiple units (32W)

Uniframe fresnel lensed downlight

Reflector
1101HCLF Specular clear

Frame-in kit

Wattage Lamping

1101HCDF Clear diffuse
1101HWHF Matte white
Reference data

1101F18 Series
1101FR18 Series
1101F2642 Series

18W (1) Triple or quad
18W (1) Triple or quad
26/32/42W (1) Triple or quad

Reflector 1101HCLF 1101FD2642 Series 26/32/42W (1) Triple or quad
Lamp 32WTriple  1101FD26L Series 26W (1) Triple or quad
Lamp lumens 2200 1101FD32L Series  32W (1) Triple or quad
Efficiency 46.2% 1101F18IC Series  18W (1) Triple or quad

Spacing criterion 1.0

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Application data Single unit data 32W

1101F2642IC Series 26/32/42W (1) Triple or quad
1101FDIC Series

26/32W (1) Triple or quad

Multiple units (32W)

Height to Initial Beam Spacingon  Average initial ~ Watts Height to Initial Beam Spacingon  Average initial  Watts
lighted  center beam diameter center foot-candles sq. Ft. lighted  center beam diameter center foot-candles sq. Ft.
plane foot-candles 4 59 219 plane foot-candles 4 60 206
6' 16 7' 5' 41 1.52 6' 20 6 5 41 143
7' 12 8' 6' 26 0.97 7 15 7' 6' 27 0.92
8' 9 9' 24' x 24' x 8.5' room 8' 1 8' 24'x 24' x 8.5' room
Beam diameter is where foot-candles drop to Workplane 2.5" above floor Beam diameter is where foot-candles drop to Workplane 2.5'" above floor
50% of maximum. 80% / 50% / 20% reflectances 50% of maximum. 80% / 50% / 20% reflectances
Uniframe clear lensed downlight |}
Application data Single unit data 32W Reference data
Height to Initial Beam
lighted center beam diameter Reflector 1101H_CLC
Lamp 32W Triple
plane foot-candles
- - Lamp lumens 2200
— ¢ 2 ¢ Efficiency 52.8%
/ 16 7 Spacing criterion 1.0
8' 12 8'

Reflector

1101HCLC Specular clear
1101HCDC Clear diffuse
1101HWHC Matte white

1.192  Philips Lightolier

Frame-in kit

Wattage Lamping

1101F18 Series
1101FR18 Series
1101F2642 Series
1101FD2642 Series
1101FD26L Series
1101FD32L Series
1101F18IC Series

18W (1) Triple or quad
18W (1) Triple or quad
26/32/42W (1) Triple or quad
26/32/42W (1) Triple or quad

26W (1) Triple or quad
32W (1) Triple or quad
18W (1) Triple or quad

1101F2642IC Series 26/32/42W (1) Triple or quad

1101FDIC Series

26/32W (1) Triple or quad

Beam diameter is where foot-candles drop to
50% of maximum.

Multiple units (32W)

Spacingon  Average initial  Watts
center foot-candles sq. Ft.
4' 68 219
5' 48 1.52
6' 31 097

24' x 24' x 8.5' room
Workplane 2.5" above floor
80% / 50% / 20% reflectances

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

For complete specification information visit www.lightolier.com
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Uniframe CFL vertical trims

63" Vertical trims

Uniframe professional optics provide the ultimate in performance and flexibility. All optics

focus on a specific trim / lamp for a performance combination while offering multiple lamp

options for increased flexibility.

=4
A

Uniframe open downlight

A

= W 938"
DWW &
18/26W
Quad
|
Reflector 812"
32W &
1101CL  Specular clear 18/26W
1101CD  Clear diffuse Triple
1101WH  Matte white |

Reference data

Frame-in kit

Wattage Lamping

Reflector 1101CL
Lamp 42W Triple
Lamp lumens 3200
Efficiency 67.0%

Spacing criterion 1.1

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Application data Single unit data 492W

1101F18 Series
1101FR18 Series
1101F2642U Series 26/32/42W (1) Triple or quad
1101FD2642 Series
1101FD26L Series
1101FD32L Series

18W
18W

(1) Triple or quad
(1) Triple or quad

26/32/42W (1) Triple or quad
26W (1) Triple or quad
32W (1) Triple or quad

Height to Initial Beam
lighted  center beam diameter
plane foot-candles

6' 40 6
8' 24 8'
10' 15 10'

Beam diameter is where foot-candles drop to
50% of maximum.

Multiple units (42W)
Spacingon  Average initial  Watts
center foot-candles sq. Ft.
5 88 191
6 56 122
7' 32 0.69

24" x 24' x 8.5' room
Workplane 2.5" above floor
80% / 50% / 20% reflectances

Uniframe double wall wash

9 3/8" 42w

& 1826w

- Quad
|

81/2" 32w

Reflector
1101CLDW Specular clear

1101CDDW Clear diffuse
1101WHDW Matte white

& 18/26w
Triple

Frame-in kit

Wattage Lamping

1101F18 Series
1101FR18 Series

18W
18W

(1) Triple or quad
(1) Triple or quad

1101F2642U Series 26/32/42W (1) Triple or quad
1101FD2642 Series 26/32/42W (1) Triple or quad

1101FD26L Series
1101FD32L Series

26W
32W

(1) Triple or quad
(1) Triple or quad

Uniframe single wall wash

Reflector
1101CLSW Specular clear

1101CDSW Clear diffuse
1101WHSW Matte white

9 3/8"
2w &
18/26w
Quad
|
812"
32w &
18/26w
Triple
4

—

Frame-in kit

Wattage Lamping

1101F18 Series
1101FR18 Series
1101F2642U Series
1101FD2642 Series
1101FD26L Series
1101FD32L Series

18W (1) Triple or quad
18W (1) Triple or quad
26/32/42W (1) Triple or quad
26/32/42W (1) Triple or quad
26W (1) Triple or quad
32W (1) Triple or quad

Reference data

Reflector 1101CLSW
Lamp 42W Triple
Lamp lumens 3200
Efficiency 64.0%

Multiple units (42W) Footcandles on

Multiple units (42W) Footcandles on

wall wall
3' from Wall-3" on Center 3' from Wall-4' on Center

[ 2" e [} [ 3" e []
1 12 1" 12 1' 10 7 10
2 22 21 22 2! 18 14 18
Distance 3 27 27 28 Distance 3 21 20 21
From 4' 29 29 29 From 4' 23 pAl 23
Ceiling 5 27 27 27 Ceiling 5' 21 20 21
in Feet 6' 23 23 23 in Feet 6' 18 17 18
7' 19 19 19 7' 15 15 15
8' 16 16 16 8' 13 13 13
9 13 14 13 9 11 " "

Conversion factor for finishes:
CD = footcandle x .90
WH = footcandle x .70

Comprehensive lighting catalog 7th Edition

1.193




Downlighting — Specification — Lytecaster

provide an even stronger throw of light.

Uniframe HID housings

5" Frame-in kits

High Intensity Discharge (HID) light sources provide high output, long life, high energy
efficiency. These characteristics make them a prime consideration for many commercial
applications. HID downlights should be used in ceilings over twelve feet where a strong

punch of light is required. For ceilings over 20 feet, consider metal halide PAR lamps, which

5" Uniframe non-1C ED17 metal halide new construction

Cutout 514"

Width 7 3/4”

Length  1215/16”

Depth  See
specification
sheet

Frame-in kit

1001HIDED50U
1001HIDED70U
1001HIDED50ULC
1001HIDED70ULC

120/277v
120/277v

120/277v -Chicago Plenum rated
120/277v -Chicago Plenum rated

Wattage

ED17 50w
ED17 70w
ED17 50w
ED17 70w

Designed for new construction where insulation will not be installed. Frame-in kit

accommodates ceilings up to 1 1/2" thick. "Push In / Twist Out" Stainless Steel trim clips

hold reflector flush to ceiling.

Universal 120/277V HPF Ballast. Shut-down circuit at end of lamp life. -5°F (-20°F for

150W) minimum starting temperature.

Lytecaster's new HID Frame-in Kits are quick and easy

to install.

* Unique "U” design is tailor made for commercial
installations

* The U-shape mounting bars add support

* Allows for two installation points, not four

* Tool-free installation in grid ceilings

* Locks ceiling tile in place

Our 5" design is ideal for lower ceilings where frequent
maintenance is difficult or not cost effective

ED17 lamps are ideal for general lighting and lower
ceilings as it provides a wider and more even illumination
across the space.

5” Uniframe non-1C PAR metal halide new construction

Cutout 514"

Width 7 3/4”

Length 12 15/16"

Depth  See
specification
sheet

1.194  Philips Lightolier

Frame-in kit
1001HIDP20U
1001HIDP39U

1001HIDP70U
1001HIDP20ULC

1001HIDP39ULC
1001HIDP70ULC

120127 7v

120/277v
120127 7v
120/277v -Chicago Plenum

120/277v -Chicago Plenum
120/277v -Chicago Plenum

Wattage

20w
22w
39w
70w
20w
22w
39w
70w

PAR 20/PAR30 long
PAR 20/PAR30 long
PAR 20/PAR30 long
PAR30 long

PAR 20/PAR30 long
PAR 20/PAR30 long
PAR 20/PAR30 long
PAR30 long

Designed for new construction where insulation will not be installed. Frame-in kit

accommodates ceilings up to 1 1/2" thick. "Push In / Twist Out" Stainless Steel trim clips

hold reflector flush to ceiling.

Universal 120/277V HPF Ballast. Shut-down circuit at end of lamp life. -5°F (-20°F for

150W) minimum starting temperature.

Lytecaster's new HID Frame-in Kits are quick and easy

to install.

* Unique “U" design is tailor made for commercial
installations

* The U-shape mounting bars add support

* Allows for two installation points, not four

* Tool-free installation in grid ceilings

* Locks ceiling tile in place

Our 5" design is ideal for lower ceilings where frequent
maintenance is difficult or not cost effective

Ceramic metal halide PAR lamps are excellent for high
ceilings where an extra punch of light is needed.

For complete specification information visit www.lightolier.com



Uniframe HID trims

5" Vertical trims

Uniframe HID is all about performance and value. Designed around energy efficient HID
lamps, Uniframe HID utilizes existing Uniframe performance optics as well as a host of
affordable Lytecaster trims designed for this product line. Over 40 different trim styles
provide several downlighting options in vertical and horizontal lamping, recessed adjustable
designs, slope ceilings and several wet location products for effective lighting of commercial

applications.

Lytecaster — Specification — Downlighting

5" Uniframe HID open downlight — ED17

e

81/8"

=g

Frame-in kit Wattage Lamping

1001HIDED50U 50w ED17 Open
1001HIDED70U 70w ED17 Open
1001HIDED50ULC 50w ED17 Open
1001HIDED70ULC 70w ED17 Open

Catalog no. Description Single unit data Multiple units - RCR 2
Height to Initial Beam Spacingon  Average initial
:gg:g:; éprecul;;{dear lighted center beam diameter center foot-candles
ear difiuse plane foot-candles ¢ 55
6' 42 6' 8' 38
Reference data g 24 g 10 24
Reflector 1001CL o 15 m 38" x 38" x 10" room
Lamp 70w ED17 12 " 13 Workplane 2 1/2' above floor
Lamp lumens 4700 Beam diameter is where foot-candles drop to 80/50/20% reflectances
Efficiency 47.0% 50% of maximum.

Spacing criteria

1.06

5" Uniframe HID open wall wash — ED17

T
W 81/8"
=3
Catalog no. Description
1001CLSW Specular clear
1001CDSW Clear diffuse

3' from wall

Frame-in kit Wattage Lamping

1001HIDED50U 50w ED17 Open
1001HIDED70U 70w ED17 Open
1001HIDED50ULC 50w ED17 Open
1001HIDED70ULC 70w ED17 Open

h_

E

1' 10
©
ol 22 2 21 21
w
sl 3[30]3]30
00
£l 4 36 36 36
8ls 33 3 33
S| ¢ v 2 o
&
ol 7 21 22 pAl
o
S| o8 17 17 17 Example: With multiple clear reflector units located 3' from wall
kel 9 3 14 3 and spaced 3' on center, the illumination on the wall 3' down
&) from ceiling will be 30 f.c. beneath units and 32 f.c. between units.

Comprehensive lighting catalog 7th Edition
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Uniframe HID trims

5" Horizontal trims

Uniframe HID 5" trims provide additional design flexibility. Designed around lower lamp
wattages, they are an ideal solution in applications with lower ceilings where energy
efficiency is still desired. All open trims utilize an affordable ED17 lamp in vertical and

horizontal lamping.

5" Uniframe HID horizontal open downlight — ED17

Frame-in kit Wattage Lamping
N 1001HIDED50U 50w ED17 Open
1001HIDED70U 70w ED17 Open
1001HIDED50ULC 50w ED17 Open
1001HIDED70ULC 70w ED17 Open
Catalog no. Description Single unit data Multiple units - RCR 2
1001HCL Specular clear Height to Initial .Beam Spacingon  Average initial  Watts
X lighted  center beam diameter center foot-candles sq. Ft.
1001HCD Clear diffuse | f
plane oot-candles 6 55 2,07
6' 42 6 8' 38 144
Reference data 8' 24 8' 10" 24 0.92
Reflector 1001CL 13 ﬁ }; 38'x 38' x 10" room
Lamp 70W ED17 ‘ ‘ Workplane 2 1/2" above floor
L Beam diameter is where foot-candles drop to 80/50/20% reflectances
amp lumens 4700 .
K 50% of maximum.
Efficiency 47.0%
Spacing criteria 1.06

5" Uniframe HID horizontal open wall wash — ED17

Frame-in kit Wattage Lamping 3' from Wall
— \ 1001HIDED50U 50w ED17 Open 3!
53

.\' ﬁ 1001HIDED70U 70w ED17 Open .
T [kizEA 1001HIDED50ULC 50w ED17 Open 1 24 23 24
57/ T2 45 44 45

1001HIDED70ULC 70w ED17 Open <
o | 3 [ 5557155
=4 51 53 51
Catalog no. Description o5 4 44 42
E[ & 33 35 33
1001HCLSW Specular clear = % 27 26
1001HCDSW Clear diffuse $ o 21 22
gl 17 17 17
A0 14 14 14

Example: With muttiple clear reflector units located
3" from wall and spaced 3' on center the illumination
on the wall 3' down from ceiling will be 55 fc. beneath
units and 57 fc. between units.

5" Uniframe HID horizontal lensed downlight — ED17

Frame-in kit Wattage Lamping
1001HIDED50U 50w ED17 Open
1001HIDED70U 70w ED17 Open
1001HIDED50ULC 50w ED17 Open
1001HIDED70ULC 70w ED17 Open
Catalog no. Description Multiple units - RCR 2
1001HCLFHID Specular clear cone, Spacingon  Average initial - Watts
center foot-candles sq. Ft.
1001HCDFHID fresnel lens
Clear diffuse cone N 8 202
! 8' 33 140
fresnel lens 10 2 090

38'x 38' x 10" room
Workplane 2 1/2" above floor
80/50/20% reflectances

1196  Philips Lightolier For complete specification information visit www.lightolier.com
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Uniframe HID trims
5" Trims /(& )

Uniframe HID 5" trims also utilize our popular Lytecaster line of trims. These new optics, (\

designed for the metal halide PAR lamp, give greater flexibility with a cost effective design

optic designs that provide performance downlighting and adjustable accent lighting.

5" Uniframe HID step baffle — PAR

_l Frame-in kit Wattage Lamping (CMH)
I 1001HIDP20U 20w PAR 20/PAR30 long
3 -q_.r X 6 3/4 P
1001HIDP39U 39w PAR 20 / PAR 30 long
[=rE—] 1001HIDP70U 70w PAR30L
278 1001HIDP20U 20w PAR 20/PAR30 long
L 2w PAR 20/PAR30 long
Catal . D t
ata’og no scription 1001HIDP39U 39w PAR 20 / PAR 30 long
1005HID Specular clear 1001HIDP70U 70w PAR30L
1005WHHID Clear diffuse

5" Uniframe HID aperture cone — PAR

—[ Frame-in kit ‘Wattage Lamping (CMH)
- 1001HIDP20U 20w PAR 20/PAR30 long
P 6 3/4"
N l:) 2w
‘ l 1001HIDP39U 39w PAR 20 / PAR 30 long
=l 1001HIDP70U 70w PAR30L
S8 1001HIDP20U 20w PAR 20/PAR30 long
Catalog no. Description Zow PAR 20/PAR30 long
1001HIDP39U 39w PAR 20 / PAR 30 long
1013HID Specular clear 1001HIDP70U 70w PAR30L
1013CDHID Clear diffuse

5" Uniframe HID adjustable aperture cone — PAR

39W PAR 20 Ceramic MH - Flood
Lamp lumens 2000 LMS, max CBCP 5479, aimed at max tilt, beam angle 25°

f }

Car:i'I‘eT:wer Dis;:iléli’tion D | C | FC | L | W

og 381 Footcandles at Center Beam

Catalog no. Description 5 790 Aimed at Horizontal Surface
1250 10 1675 D C FC L W
1027HID Black baffle 15 3281 8 | 42 | 60 | 44 | 38
1027WHHID White baffle 60° 20 4645 100 | 52' | 38 | 55 | 48
1027CDHID Clear diffuse 2500 :g ggg 120 | 62 | 27 | 66 | 58
1048HID Specular clear 35 4507 | 73] 20 | 77| 67
oo | o i

Frame-in kit Wattage Lamping (CMH) 3750 50 526 Footcandles at Center Beam

1001HIDP20U 20w PAR 20/PAR30 long 55 209 Aimed at Horizontal Surface
19w 60 83 D C FC L W
5000 65 30 3 38 135 48' 18
1001HIDP39U 39w PAR 20 / PAR 30 long 30° 70 6 4 5g 0 | 72 | 28
75 15 s | 77| 34 | 96 | 37
Report No: 4091FR :g 145 ¢ 9 » 10 | a¢

90 4
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Uniframe HID housings

6%" Frame-in kits

Uniframe HID is truly a value added product with its Grid-Lock® tool-free installation
features and utilization of affordable PAR and ED17 Ceramic Metal Halide lamps.

634" Uniframe non-1C ED17 metal halide new construction

Lytecaster's new HID Frame-in Kits are quick and easy

Frame-in kit )
to install.
1101HIDED50U 120/277v ED17 50w + Unique “U" design is tailor made for commercial
1101HIDED70U 120/277v ED17 70w installations
1101HIDED100U* 120127 7v ED17 100w

* The U-shape mounting bars add support
* Allows for two installation points, not four

1101HIDED50ULC 120/277v -Chicago Plenum rated ED17 50w
1101HIDED70ULC 120/277v -Chicago Plenum rated ED17 70w

1101HIDED100ULC*  120/277v -Chicago Plenum rated ~ ED17 100w * Tool-free installation in grid ceilings
Cutout 615M6" 1101HIDED70UAUX  120/277v - 100W T4 AUX ED17 70w * Locks ceiling tile in place
Width 7 3/4" 1101HIDED100UAUX 120/277v - 100W T4 AUX ED17 100w
Length  1215/16” Our 6 3/4" design is ideal for ceilings up to 20" where less
Depth See ificati Designed for new construction where insulation will not be installed. Frame-in kit I.amp maintenance is desired and area requires greater
zg:g\tma on accommodates ceilings up to 1 1/2" thick. "Push In / Twist Out" Stainless Steel trim clips light levels.

hold reflector flush to ceiling.
. e ED17 lamps are ideal for general lighting and lower

ceilings as it provides a wider and more even illumination

Universal 120/277V HPF Ballast. Shut-down circuit at end of lamp life. -5°F (-20°F for
across the space.

150W) minimum starting temperature.

* Marked spacing of 2 feet on center required

64" Uniframe non-1C PAR metal halide new construction

Frame-in kit Lytecaster's new HID Frame-in Kits are quick and easy

to install.
1101HIDP39U 120/277v 39w PAR30long + Unique "“U" design is tailor made for commercial
1101HIDP70U 1201277 70w PAR30long/PAR38  installations

1101HIDP100U*  120/277v 100w PAR 38
1101HIDP39ULC  120/277v-Chicago Plenum rated 39w PAR30 long
1101HIDP70ULC  120/277v-Chicago Plenum rated 70w PAR30 long / PAR38

* The U-shape mounting bars add support
* Allows for two installation points, not four

1101HIDP100ULC* 120/277v-Chicago Plenum rated 100w PAR 38 * Tool-free installation in grid ceilings
Cutout 615/16" * Locks ceiling tile in place
Width 7 3 Designed f truction where insulation will not be installed. Frame-in kit
Length 12 15/16" esigned for new construction where insulation will not be installed. Frame-in kit Our 6 3/4” design is ideal for ceilings up to 20" where less
Depth  See accommodates ceilings up to 1 1/2" thick. "Push In / Twist Out" Stainless Steel trim clips lamp maintenance is desired and area requires greater
specification hold reflector flush to ceiling. light levels
sheet

Universal 120/277V HPF Ballast. Shut-down circuit at end of lamp life. -5°F (-20°F for

o . Ceramic Metal Halide PAR lamps are excellent for high
150W) minimum starting temperature.

ceilings where an extra punch of light is needed.

* Marked spacing of 2 feet on center required

1198  Philips Lightolier For complete specification information visit www.lightolier.com



Uniframe HID trims

6%" Trims

Lytecaster — Specification — Downlighting

Uniframe HID is all about performance and value. Designed around affordable, energy

efficient HID lamps, Uniframe HID utilizes existing Uniframe performance optics as well

as a host of affordable Lytecaster trims designed for this product line. Over 40 different

trim styles provide several downlighting options in vertical and horizontal lamping, recessed

adjustable designs, slope ceilings and several wet location products for effective lighting of

commercial applications

674" Uniframe HID open downlight — ED17

Frame-in kit Wattage Lamping
e

1101HIDED50U 50w ED17 Open

1101HIDED70U 70w ED17 Open

1101HIDED100U 100w ED17 Open

1101HIDED50ULC 50w ED17 Open

1101HIDED70ULC 70w ED17 Open
Catalog no. Description 1101HIDED100ULC 100w ED17 Open
1101CL Specular clear
1101CD Clear diffuse Single unit data Multiple units - RCR 2

Height to Initial Beam Spacingon  Average initial ~ Watts

lighted center beam diameter center foot-candles sq. Ft.

Reference data plane foot-candles 6 121 297
Reflector 1101CL 6 70 8' 8' 84 2.06
Lamp 100W ED17 8' 39 11 10 54 1.32
Lamp lumens 7900 10 25 14 38'x 38' x 10' room
Efficiency 62.0% 12 7 16 Workplane 2 1/2" above floor
Spacing criteria 136 Beam diameter is where foot-candles drop to 80/50/20% reflectances

50% of maximum.

674" Uniframe HID open wall wash — ED17

- . Frame-in kit Wattage Lamping
9 \ 1101HIDED50U 50w ED17 Open
1101HIDED70U 70w ED17 Open
1101HIDED100U 100w ED17 Open
1101HIDED50ULC 50w ED17 Open
1101HIDED70ULC 70w ED17 Open
Catalog no. Description 1101HIDED100ULC 100w ED17 Open
1101CLSW Specular clear
1101CDSW Clear diffuse

100W ED17 Coated metal halide

Luminaires 3' from wall

i h e

1 27 24 27

2! 45 43 45

3 [ e [ s8] e

4 71 68 71

5' 66 65 66

6' 55 5 55

7' 44 45 44

8' 35 36 35 Example: 42w with multiple clear reflector units located 3' from
9! 28 28 28 wall and spaced 3' on center, the illumination on the wall 3' down

from ceiling will be 47 f.c. beneath units and 47 f.c. between units.
10" 22 23 22

Distance from ceiling in Feet

Comprehensive lighting catalog 7th Edition  1.199
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Uniframe HID trims

6%" Trims
Uniframe HID 6%

ceilings where ene

horizontal lamping

" trims provide commercial level lumen performance and flexibility.

Designed around higher lamp wattages, they are an ideal solution in applications with high

rgy efficiency is a must. All open trims utilize an ED17 lamp in vertical and
for optimal performance.

674" Uniframe HID horizontal open downlight — ED17

Reference data Frame-in kit Wattage Lamping
Reflector 1101HCL 1101HIDED50U 50w ED17 Open
Lamp 100W ED17 1101HIDED70U 70w ED17 Open
Lamp lumens 7900 1101HIDED100U 100w ED17 Open
Efficiency 56.0% 1101HIDED50ULC 50w ED17 Open
Spacing criteria 142 1101HIDED70ULC 70w ED17 Open
N 1101HIDED100ULC 100w ED17 Open
Catalog no. Description
1101HCL Specular clear
1101HCD Clear diffuse
674" Uniframe HID horizontal open wall wash — ED17
Frame-in kit Woattage Lamping Luminaires 3' from Wall  Lighting Data
1101HIDED50U SOw D17 Open 3 Footcandles on Wall: Multilpe Units
1101HIDED70U 70w ED17 Open gLz gg g} ;g >
1101HIDED100U 100w ED17 Open i N o
1101HIDED50ULC 50w ED17 Open s = DI
1101HIDED70ULC 70w ED17 Open § T
Catalog no. Description 1101HIDED100ULC 100w ED17 Open 2& 3;7’ ;}
1101HCLSW Specular clear s 12: Z Z Example: With multiple clear reflector units
1101HCDSW Clear diffuse ST 712 T | located 3'from wall and spaced 3' on center, the
19 0 illumination on the wall 3' down from ceiling will be
c. beneath units and 118 f.c. between units
674" Uniframe HID horizontal lensed downlight — ED17
Reference data Multiple Unit Data - RCR 2
Spacing Avg. Initial Watts/
Reflector T10THCLFHID On Ctr Footcandles Sq. Ft.
Lamp 100W ED17 6 129 284
Lamp lumens 7900 80‘ gg 127
. 10' 1.26
Efﬁa.ency . 660% 38'x38'x10' Room, Workplane 2 1/2'
Spacing criteria 096 above floor; 80/50/20% Reflectances
Catalog no. Description
1101HCLFHID Specular clear cone, Frame-in kit Wattage Lamping
fresnel lens 1001HIDED50U 50w ED17 Open
1101HCDFHID Clear diffuse cone, 1001HDED70U 70w ED17 Open
fresnel lens 1001HIDED50ULC 50w ED17 Open
1001HDED70ULC 70w ED17 Open
674" Uniframe HID horizontal open downlight — ED17
with T4 auxiliary lamp holder
Reference data Frame-in kit Wattage Lamping
Reflector 110THCLAUX 1101HIDED70UAUX 70w ED17 Open
- Lamp 100W ED17 1101HIDED100UAUX 100w ED17 Open
6 ) Lamp lumens 7900
78 Efficiency 56.0%
Spacing criteria 1.42
Catalog no. Description
1101HCLAUX Specular clear
1101HCDAUX Clear diffuse

1.200 Philips Lightolier

For complete specification information visit www.lightolier.com



Uniframe HID trims

6%" Trims

Lytecaster — Specification — Downlighting

Uniframe HID also provides trims with a built in auxiliary option. In the event power is

interrupted momentarily, a T4 lamp will provide the necessary illumination until the HID

lamp restrikes and warms up.

67" Uniframe HID step baffle - PAR

Catalog no. Description
1105HID Matte Black baffle
1105WHHID Matte white Baffle

Frame-in kit Wattage Lamping (CMH)
1101HIDP39U 39w PAR30 long
1101HIDP70U 70w PAR30 long / PAR38
1101HIDP100U 100w PAR 38
1101HIDP39ULC 39w PAR30 long
1101HIDP70ULC 70w PAR30 long / PAR38
1101HIDP100ULC 100w PAR 38

634" Uniframe HID

aperture cone - PAR

Catalog no. Description
1113HID Specular clear
1113CDHID Clear diffuse

Frame-in kit Wattage Lamping (CMH)
1101HIDP39UV 39w PAR30 long
1101HIDP70U 70w PAR30 long / PAR38
1101HIDP100U 100w PAR 38
1101HIDP39ULC 39w PAR30 long
1101HIDP70ULC 70w PAR30 long / PAR38
1101HIDP100ULC 100w PAR 38

634" Uniframe HID

adjustable aperture cone - PAR

70W PAR 30 Ceramic MH - flood, lamp lumens 4300
LMS, Max CBCP 7834, aimed at max tilt, beam angle 35°

4 Candlepower Distribution
& 514" il Angle 0° CP
796" 0 870
5 1054
2250 e 10 1762
Catalog no. Description 15 3611
20 6453
1127HID Black baffle 25 13
1127WHHID White baffle 4500 30 7785
1127CDHID Clear diffuse :: Zg;g
1148HID Specular clear 45 5331
6750 50 3853
Frame-in kit Wattage Lamping (CMH) 55 1509
1101HIDP39U 39w PAR30 long oo 6 o
1101HIDP70U 70w PAR30 long / PAR38 9000 70 23
1101HIDP100U 100w PAR 38 Report No 4087FR 75 8
1101HIDP39ULC 39w PAR30 long 5 e
1101HIDP70ULC 70w PAR30 long / PAR38 20 5
1101HIDP100ULC 100w PAR 38
D [ cJr] L [w D [ cJre] L [ w

Footcandles at center beam
Aimed at horizontal surface

Footcandles at center beam
Aimed at horizontal surface

D C FC L W D C FC L W
8' 4.2 85 6.6' 57 3 58' 86 | 140" [ 41
10" 52 55 82" 71" 4' 77 48 187" | 55
12 62 38 99 85' 5' 9.6' 31 234" | 68
14' 73 28 11.5' [ 100" 6' 115 21 280' [ 82

Auxiliary lighting for recessed HID
luminaires and cylinders (A)

HID lamps require a “warm-up” period of 5 to 10
minutes to reach full output. Additionally, when these
lamps are extinguished they must cool for 5 to 15
minutes before they will relight. Outage can be caused
by momentary power failure, substantial voltage
reduction or cycle changes.

To provide a minimum level of illumination, a double-
contact bayonet socket and solid-state switching device,
(for use with a 120V tungsten-halogen lamp) operate
during initial HID lamp warm-up, or cold-off-and-restart
period.

The tungsten-halogen lamp remains on until the HID
lamp reaches approximately 60% of its light output.

Note: The auxiliary is not emergency lighting and will
only operate when there is power to the luminaire.

Maximum Tungsten-Halogen Lamp Wattage

HID Lamp Tungsten-halogen lamp

T-4, 120V Double-contact
bayonet

70W-100W ED17  100W

Mode of operation

Initial start

HID lamp and tungsten halogen lamp
both energized. HID lamp starts
warming up; tungsten-halogen lamp
at full output.

Partial warm-up

HID lamp reaches approximately 60%
light output; tungsten-halogen lamp
switched off.

Full warm-up
HID lamps at 100% light output.

“Hot” restart
HID lamp and tungsten-halogen lamp
both energized. HID lamp too hot to
start; tungsten-halogen lamp at full
output. After HID lamp cools down
and starts, cycle begins as in “Initial
Start” above.

&
A
@
&
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Downlighting — Specification — Lytecaster

[P -

Lytecaster Performance
incandescent housings

4", 5", 7" and 8" housings
Uniframe's three lensed products have a variety of lens styles. UL listed for wet locations,

these trims provide an Incandescent-like light source in an energy efficient package ideal for

showers, spas or outdoor overhangs.

Standard IC, deep IC and AirSeal® IC

Designed for new construction where insulation will be
in direct contact with the fixture. IC housings designed

to offer a full range of lighting performance in fully
insulated ceiling applications up to 1" thick. Installed

appearance of Deep IC precisely matches Lytecaster

Non-IC Frame-in Kits. Fully gasketed AirSeal® IC

housings minimize air leakage for compliance with MEC
and WSEC. Mounting bars lock to T-bar ceiling runners
without accessories, UL listed for through wiring, integral

cable clamps for nonmetallic (Romex®) cable.

2000IC  1000IC 1100IC 1100DICM
AirSeal® 2000AIC 1000AICM 1100AICM 1100DAICM

Cutout (A) 311/16" 51/8" 61316"  613/16"
Width (W) 712" 9" 9" 9"
Length (L)  101/4"  151/2" 1512 15172
Depth (D)  51/2"  75/16" 7516 914"

Performance PAR non-IC

Designed for new construction where insulation will
not be installed. Performance PAR Non-IC is specifically

designed for use with Performance PAR Recessed

Adjustable reflector trims. Accommodates ceilings up

to 1" thick. Integral wood joist nailing tabs, Integral cable
clamps for nonmetallic (Romex®) or armored (BX®)
cable, UL listed for through wiring, mounting bars lock to
T-bar ceiling runners without accessories.

2000P1
Cutout (A)  311/16"
Width (W) 71/2"
Length (L) 10 1/4"
Depth* (D) 51/2"

1.202  Philips Lightolier

1000P1
51/8"
g
151/2"
67/8"

1700P1
778"
107/8"
15 172"
9 3/4"

For complete specification information visit www.lightolier.com
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Lytecaster Performance
iIncandescent trims

63" Reflector trims

This selection of 6 %" open downlights provides superior performance for general lighting

applications requiring greater lumen output.

* Created of the highest quality aluminum, deep anodized reflectors feature a specular,
mirror-like finish that provides 40% more light than black baffle downlights, superior

cut-off, and the best glare control.

6%" Deep anodized Y 6 %" Shallow anodized
A19 A21 A19 PAR30
‘. ’ Ht.to FC.  Beam Dia. Ht. to FC.  Beam Dia. / l - Ht.to FC.  Beam Dia.
Floor at 30" above floor Floor at 30" above floor ‘.l i h , Floor at 30" above floor
B 8' 32 8' 8 54 8' - - 8' 28 9'
10' 17 11" 10' 29 1 10' 15 13'
12' 11 14' 12' 18 14' 12' 10 16'
Ctrto Footcandles Ctr.to Footcandles A o Ctr to Footcandles
Gt rg Room Sml.Room Ctt Lrg Room Sml.Room Ct: rg Room Sml. Room
4 75 61 4 125 102 4 82 67
6' 33 27 6' 55 45 6' 36 30
8' 19 16 8' 31 26 8' 20 17
Frame-in Lamping Frame-in Lamping
Kit Celling A19 A21 BR30 PAR3S Kit Ceiling A19  BR30 PAR30 BR40
1102P1 Non-IC  100W 150W 85W — Reflector 1102P1 Non-IC 100W —  —  —
1103R Non-IC  100W 150W 85W — 143 Soeculareoid  TO3R Non-IC 100W —  —  —
Reflector Exist pecular go Exist.
: 1144 Specular clear 11041C X+ AirSeal  100W
1145 Specular gold 1100DAICM  Deep 100W — = 85W 100W  4144cD  Clear diffuse irSeal — — —
1146 Specular clear AirSeal IC
1146CD  Clear diffuse Ic T00DAICM  Deep  100W —  —  —
1100DICM  DeepIC 100W —  85W 100W AirSeal
IC
1100DICM Deep IC 100W — — —
11041C** IC/Non- 75/W/ 85W/ 75W/ —
3/ . IC 100W 85W  75W
6A Deep anodized ﬂ 1104ICR IC/Non- 75/W/ 85W/ 75W/ —
IC Exist. 100W 85W  75W
1100IC IC 100W  — — —

150W BR40 FL Single 250W PAR38 FL (T-H)

- 1100AICM  AirSeal 100W —  —  —
BR40 PAR38 IC

— Ht. to FC.  Beam Dia. Ht. to FC.  Beam Dia.
T Floor at 30" above floor Floor at 30" above floor
8' 68 4 10' 164 4'
10 37 6 12' 103 5
12' 23 7' 14' 70 6'
o 1%
10 % Ctrto Footcandles Giriig Footcandles
Cte Lrg Room Sml. Room Ctr Lrg. Room Sml. Room
4 89 75 4 217 195
6 40 33 5 139 124
L I 8 22 19 6 9% 87
Reflector Frame-in Lamping
1149 Specular black Kit Ceiling PAR38 PAR38 Cool Beam BR40
11;? épecula“gf'd 1102P1 NondC 250W 150w 150w
pecularciear  4103R  Non-IC 250W 150W 150W
1151CD  Clear diffuse Exist

* For nail version add "N" suffix.
**For nail version add "N" suffix.
For quick connects add "Q" suffix.
For nail & quick connects add "NQ" suffix.
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Adjustment yoke
(35° tilt)

Performance PAR
recessed adjustable

Deeply recessed lamp
for superior glare
control.

-

Interior cut-off shield
prevents view into
fixture from below.

Performance PAR recessed accent

Designed for high impact accent lighting, this selection

of reflector trims can be carefully aimed to deliver light

exactly where it is needed.

+ 7 1/2" Performance PAR Adjustable utilizes the
PAR38 lamp to provide powerful, deeply recessed
accent lighting in retail and commercial applications.

1.204  Philips Lightolier

Lytecaster Performance
iIncandescent trims

6%" Accent lighting - line voltage trims
Accent lighting provides dramatic interest in a space by drawing attention to selected
objects and surfaces. It is typically achieved with adjustable downlights whose beams can be

carefully aimed.

72" Performance PAR recessed adjustable

Frame-in Lamping
" - " Kit Ceiling  PAR38
1700P1  NonIC 150w

Vertical tilt: 35°

Reflector

1738CLt  Specular clear
1738GD* Specular gold

For complete specification information visit www.lightolier.com
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Downlighting — Specification — Ardee

Ardee

Quality materials and intelligent designs
combine to create a multitude of lighting

effects for all applications.

These high quality functional and decorative
lighting fixtures can create inviting lighting

effects for all applications.




Ardee — Specification— Downlighting

= Museumn Store

3/ % Restrooms

! ’ % Cafe' MAC
% Campbel House
% Parking

i
P ||
= wdl
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Focus & Variant

Small aperture downlight

The Focus and Varianti Series of recessed downlights is a collection of small aperture (3"
and 3.5" diameter) precision machined trims and rough-ins engineered for a variety of

commercial and residential applications.

These high quality fixtures are offered in seven standard contemporary finishes to meet the
demands for sophisticated lighting solutions where function and finish are critical. Choose
from either of the two styles of fixed lamp trims or the adjustable lamp trims, all designed to
accept MR-16 and MR-11 lamps.

o
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Focus & Variant

Small aperture downlight

Features

* Focus and Varianti offer the ability to change the lamp
without having to remove the entire trim from the
ceiling. The machined inner lamp ring simply and easily
snaps in and out of the outer ring which remains in
place, acting as a barrier to the ceiling opening so a

pristine ceiling surface is maintained.

* Focus trims have a fixed lamp position in either a
shallow or deep regressed lamp configuration. This
gives the option of creating sparkle or subtleness on
the ceiling plane, further defining the ambience of

the space.

* Varianti trims have an adjustable lamp holder designed
to provide flexible accent lighting for artwork, walls

and millwork.

* Focus and Varianti surface trims are listed for use in
display cases, millwork lighting, and cabinet applications
when used with the ultra-shallow cabinet rough-in. A
remote transformer is required to provide power to

single or multiple fixtures.

* Flush trim rough-ins created especially for Focus and
Varianti. Ideal for drywall ceiling applications where an
integrated and flush appearance enhances the quality

of the space.

* All Focus and Varianti trims accept up to two optical
accessories that can be combined or used individually.
Select from various spread lenses, color filters, and
brightness control louvers to create custom light
distribution and effects.

* Four plated and three painted trim finishes are

standard. Consult factory for custom colors.
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Focus & Varianti housing

Small aperture downlight rough-ins

Focus/Varianti downlight trims require the use of downlight rough-ins for listed installation.

Standard construction

Thermally protected housing with an integral magnetic

or electronic transformer to provide 12V power to the
trim. Galvanized steel plaster frame, can and junction

box construction. Requires above-ceiling access for

installation. Operates at 120V, 60Hz. Includes hanger

bars. 277V, 60Hz transformer available. Series Dimensions

A B C
Flush trim rough-ins created especially for Focus and min max min max
Varianti. Ideal for drywall ceiling applications where an A30S 1037 270 750 21" 5 3o
integrated and flush appearance enhances the quality of 264mm 686 mm 191 mm 533 mm 135 mm
the space. A35S  10.37" 27" 7.5" 21" 5.32"

264 mm 686 mm 19T mm 533 mm 135 mm

—

B

[

Series Dimensions
A B C
A30R 941" 4.7" 4.54"
239 mm 119 mm 115 mm
A35R 11.54" 495" 5.34"
293 mm 126 mm 136 mm

Ordering information
Remodel

Thermally protected housing with an integral magnetic To specify a complete catalog number, choose one item from the selection

transformer to provide 12V power to the trim. available in each module.

Galvanized steel can and suspension arm construction. Example: A30SFT-120-E

May be installed from room side without above-ceiling

access. Operates at 120V, 60Hz. Includes support clips. A30S - -
277V, 60Hz transformer available. Flush trim style Series

available for remodel series. A30S A35S A30R A35R

3"Standard  3.5"Standard 3" remodel 3.5" remodel
surface mount surface mount surface mount  surface mount

rough-in rough-in rough-in rough-in

Trim Option

Leave blank for FT

standard trim Flush trim available for

Focus and Varianti only

Voltage

120 277 12

120v 277v Remote

Electronic transformer option

E
Electronic
(Not available for remote transformer)
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Focus & Varianti housing

Small aperture downlight rough-ins

A
.
T 1o
B [ IC Rated
L ‘-\ 1) Thermally protected housing for use in insulated ceilings.
4 L7772
An integral magnetic transformer provides 12V power
- to the trim. Fully enclosed galvanized steel, shoebox-
. . . style construction. Requires above-ceiling access for
Series Dimensions ] )
installation. Operates at 120V, 60Hz. Includes hanger
A B C . .
bars. UL listed for dry or damp locations.
min max
A301 14.44" 8.62" 21.0" 6.8" . . .
367 mm | 219 mm 533 mm 173 mm Flush trim rough-ins created especially for Focus and
A5l 14.44" 8.62" 210" 539 Varianti. Ideal for drywall ceiling applications where an
367 mm 219 mm 533 mm 135 mm integrated and flush appearance enhances the quality of
Dimensions listed above are for IC rough-ins using magnetic transformers. the space.
Refer to spec sheet for specific dimensions on other rough-in variations.
Ordering information
To specify a complete catalog number, choose one item from the selection
available in each module. Example: A30IFT-35-120 - - -
Series
A301 A351 A30AT A35AT A30CC* A35CC*
3"IC rated 3.5"ICrated 3" Airtight/IC  3.5" Air tight/IC 3" City of 3.5" City of
rough-in rough-in rough-in rough-in Chicago Chicago
rough-in rough-in
Trim options
Leave blank for FT
standard trim Flush trim available for
Wattage (maximum) Focus and Varianti only
35 50
35w max. 50w max. (3.5" City of Chicago only)
Voltage
120 120v 277 277v *City of Chicago only approved (Non-IC)

Ordering information

To specify a complete catalog number, select below, and

T |-£_‘|=[ select a transformer from page 1.212.
A A30C-12 3" cabinet fixture rough-in
_l_ L A35C-12 3 /2" cabinet fixture rough-in

—

@@ Listed low voltage cabinet light rough-in

Series Dimensions .
Cabinet can
A B Cutout dim. , .
Ultra shallow housing for use with remote mounted
A30C-12 2.875" 3.188" 3.25" . L .
73 mm 81 mm 825 mm transformers. UL listed for use in display cases, millwork,
A35C-12 ) 875" 3531 3.625" and cabinet applications. 35 watts max. Miniature
73 mm 89.6 mm 92 mm junction box with 1/2" knockout supplied with cabinet

can for connecting to Class | or Class Il transformers,

ordered separately (see page 1.212).
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Electronic transformer

TE Series
— TE Series electronic transformers
® Listed, features lightweight and compact design with self-resetting short circuit
Ordering information and overload protection. Dimmable using some compatible incandescent dimmers.

120 volt primary, secondary voltage as indicated. Refer to chart below for minimum

load requirements. Maximum remote mounting distance is 20 feet.
Class | Transformers L Dimension key
Catalog number Description Transformer L
TE72X 75 watt 12 volt non-enclosed TE72X 21" 1.294" 0.79"
TE728 75 watt 12 volt enclosed TOPVIEW TE728 40" 40" 1.5"
TE74X 75 watt 24 volt non-enclosed TE74X 2.6" 1.294" 0.79"
TE74B 75watt  24volt e