WAC LIGHTING

Responsible Lighting®







Connecting

Getting plugged in with WAC Lighting, you will come to know a company you can depend on to provide
innovative luminaires based on cutting edge technology and listening to what is important to you.
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Factory Direct Relationship

For 30 years, our family has cherished this relationship with our customers who have invited us to serve
them in their homes and businesses and in turn have supported the growth of our business.
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Engineering & Design

As the original designer and manufacturer of our products, we invest in research and development
to generate technological advances that respond to market demands. Your feedback has turned our company
into a unique design powerhouse structured with electrical engineering and industrial design capabilities.
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Responsible Manufacturing

Responsibility is central to our culture. We built our factories in New York, California, and China
all from the ground up to handle the engineering, testing, fabrication and manufacturing of our products
from a component level to grant us universal control over our quality, intellectual property, and environmental footprint.
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Changing Technology

In the ever changing world of LED, WAC Lighting will be your constant. We are committed to supplying
differentiating lighting products to the marketplace that are designed to last, and illuminate beautifully.
All backed by our 5 year warranty. Explore your creativity with our presentation of interesting niche products.
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Designed to outperform conventional light sources from even
smaller apertures, our LED recessed luminaires offer glare-free visual
cutoff, precise color quality and full range dimming. A comprehensive
program of LED recessed options perform a multitude of tasks in all
apertures ranging from 1”to 6".

One-light to Four-light Multiple Recessed offered in three distinctive
families feature individual aiming elements for broad applications.
With lighting control, performance and aesthetics, WAC Lighting’s
comprehensive series of LED recessed lighting is designed and
engineered for the most challenging spaces.

Tesla LED 2"and 3.5”

L —
A -
Premium High Performance 3-8
Plana LED 6 ’F’ o
High Brightness or High Color Rendering EERG
LEDme® 1" 3”and 4" @ 118
High Efficacy Performance B
LED Mini Multiples
L—
Miniature Remodel and New Construction & 19-20
Adjustable 1,2 and 3 Lights
LED Precision Multiples =
ot 21-22
Retractable and Lockable Aiming 1, 2, 3, and 4 Lights E—
Tesla LED Multiples =
o) 23-24
High Brightness Adjustable 1, 2, 3 and 4 Lights
Low Voltage 2.5% 3"and 4"
25-30
1 Watt Minimum Load for LED Retrofit
Low Voltage Multiples
31-32
1 Watt Minimum Load, 1, 2 and 3 Lights for LED Retrofit
Line Voltage 4", 5", 6" and HID Multiples
33-38

Assorted Retrofit Lamp Options

Consult the factory to take advantage of our custom

capabilities in large quantities
LED RECESSED 2
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‘Tesla 2" and 3.5" Recessed

Qualified for Both Residential
and Commercial Applications
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Tesla 2"LED Energy Star® .l

Power: 10.5W (277V), 14.5W (120V)
Delivered Lumens:  Up to 730
Comparable: 50WMR16
CRI: Up to 90 (85 Typical)
Dimming: 100%-1% (120V Only)
Rated Life: 90,000 hours
Premium High Performance Energy Star® LED
+ Meets 2013 California Title 24 Efficiency
« Interchangeable reflectors for changing beam spreads
« 2"aperture
« UL listed for damp locations
Trim (Order Housing Separately) Model Beam  Color Temp Finish
Round Downlight l 27 2700K
3 S 16.5° 9W 3000K (90 CRI) |BN  Brushed Nickel
; i l HR-2LD-ET109 N 30° "W  3000K CB Copper Bronze
F 53° 35 3500K WT White
-2 C 4000k
4 ——
Example: HR-2LD-ET109F-9W-BN
Housings (Required) Model Voltage Installation Rating
T
52"
) e £ HR-2LED-HO09D-ICA 120V
IC-Rated New Construction ‘ —~I354"- ‘
~——min 14%"
= Max 241" - . L
T e New Construction IC-Rated - Airtight
157%" :
’ Q . HR-2LED-HO9-HICA 277V
= —— 3
Non-IC Remodel — -

A
5%" )
’ l D HR-2LED-R09D-A 120V Remodel Non-IC - Airtight
ol 3% -
| 13%" !

*Not Energy Star rated when using 277V housing

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to 1" for remodel & 3" for new construction.

General Spacing Recommendation

Repl LEDM |
Ceiling Height: 7-10 ft on the Floor Interchangeable Reflectors eplacement odules
. Spot SL-REF-LUX10-S 2700K 85CRI LXS8-PW27
S it Ceriten Spading oy 2202 Narrow Flood SL-REF-LUX10-N | | 3000K 90CRI LXS9-PW30
Compared to: Flood SL-REF-LUX10-F 3000K 85CRI LXS8-PW30
4 ft Spacing on 50W MR16 Downlights 3500K 85CRI LXS8-PW35
4000K 85CRI LXS8-PW40

80+ % Reduction in Energy and Fewer Lights Required

For up to date product specifications and assistance please visit WAC LIGHTING.COM LED RECESSED 4



Tesla 2"LED

Power: 10.5W (277V), 14.5W (120V) Premium High Performance LED
Meets 2013 California Title 24 Efficiency

Delivered Lumens:  Up to 590

Comparable: 50WMR16 + Smooth & continuous ELV dimming
CRI: Up to 90 « 30° visual cutoff angle for glare control
Dimming: 100% - 1% (120V Only) - Adjustable fixtures are ideal for
Rated Life: 90,000 hours sloped ceiling applications
+ Shower light is wet location listed
Trims (Order Housing Separately) Model Beam ColorTemp Finish
Square Open Reflector LﬁE“J { 27 2700K
= 7 § 3%" 9W  3000K (90 CRI) BN  Brushed Nickel
{ HR-2LED-T709 W 3000K CB CopperBronze
i ~ R 35  3500K WT White
-2 C 4000K
49—
Square 0°- 30° Adjustable 27 700K
9W 3000K (90 CRI) | BN Brushed Nickel
HR-2LED-T509 W 3000K CB CopperBronze
35 3500K WT White
C 4000K
Round Open Reflector
27 2700K
s 150 9W 3000K (90 CRI) | BN Brushed Nickel
HR-2LED-T109 N 26° W 3000K CB CopperBronze
E a5 35 3500K WT White
=2 C 4000K
4y
Round 0°- 30° Adjustable 27 2700K
9W 3000K (90 CRI) | BN  Brushed Nickel
- HR-2LED-T309 W 3000k CB CopperBronze
! 35 3500K WT White
C 4000K
4y
Round 30°- 45° Adjustable
27 2700K
47" 9W 3000K (90 CRI) | BN  Brushed Nickel
HR-2LED-T409 W 3000K CB Copper Bronze
35 3500K WT White
o C  4000K
L4%"4’
Round Shower Light
{ 27 2700K
7 § 3%" 9W 3000K (90 CRI) BN  Brushed Nickel
3 HR-2LED-T209 N 26° W  3000K CB CopperBronze
35 3500K WT White
2" C 4000K
4%
Wet Location Listed
Example: HR-2LED-T109F-W-BN
Light Source Efficacy Comparison Interchangeable Reflectors Replacement LED Modules
Spot SL-REF-LUX10-S 2700K 85CRI LXS8-PW27
50W MR16: 22 Lm/W Narrow Flood SL-REF-LUX10-N | | 3000K 90 CRI LXS9-PW30
Flood SL-REF-LUX10-F 3000K 85CRI LXS8-PW30

3500K 85CRI LXS8-PW35
4000K 85CRI LXS8-PW40

5 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM

LED: 90 Lm/W




Variable Beams
Interchangeable Reflectors Available

0°- 30° Adjustable
For Wall Washing or Accenting

Shower Light
Wet Location Listed

30°- 45° Adjustable
For Sloped Ceilings

Model

Voltage

Installation

HR-2LED-HO09D-ICA 120V

~13%

IC-Rated New Construction [ ‘
~——min 142"
ﬁ = Max 247" -
. - .
.“ - 15%" O .
~ HR-2LED-HO9-HICA 277V

New Construction

IC-Rated - Airtight

Non-IC Remodel

HR-2LED-R09D-A* 120V

13%"

Remodel

Non-IC - Airtight

*Not compatible with HR-2LED-T309, HR-2LED-T409 or HR-2LED-T509

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to 1" for remodel & 34" for new construction.

WAC LIGHTING

LED RECESSED 6



Tesla 3.5"LED Energy Star®

(lrag3

4)

Power: 21.5W Premium High Performance Energy Star® LED
Delivered Lumens: Up to 1070 + Meets 2013 California Title 24 Efficiency
Comparable: 75WMR16 « 44° cutoff angle for glare control
CRI: Up to 90 « 3.5"aperture
100%-15% ELV Dimming: 720V Only + Smooth and continuous ELV dimming (120V only)
0-10V Dimming: 120V and 277V
Rated Life: 50,000 hours
Energy Star® Trim (Order Housing Separately)  Model Beam Color Temp Finish
Round Downlight i 27 2700K
41" 9W  3000K (90 CRI) BN Brushed Nickel
| HR-3LD-ET118 F 40° W 3000K CB  Copper Bronze
Faopl | 35 3500K WT  White
ST C  4000K
Example: HR-3LD-ET118F-W-BN
Housings (Required) Model Voltage Installation Rating
¢ o a2y
- 454" |—
IC-Rated New Construction ‘ min 10Va"4J
max 242"
T = e =
1 HR-3LED-H18D1-ICA New Construction
2 | O
P S IC-Rated - Airtight
6" E .|
IC-Rated New Construction N ‘ ~laypn - ‘ HR-3LED-H18D-ICA New Construction
———min 142"
TR_ max 247%" —
16%" | HR-3LED-H18D-EMICA | 120V -277V New Construction,
i Emergency Backup Battery
L
X
6%"
Non-IC New Construction 1 P

13%"

=
/;i ~—min 14J2" max 242" HR-3LED-H18D-A**
b re
I
s
678"
1 D HR-3LED-R18D-A**
— gy

New Construction

Non-IC - Airtight

Remodel

**Not compatible with HR-3LED-T318, HR-3LED-T418, HR-3LED-T518, HR-LED-T618 and HR-3LED-T918 (when adjusted)

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to %2"- 1" for remodel & 12" -34" for new construction.

Light Source Efficacy Comparison

75W MR16: 16 Lm/W

LED 74% More Efficient

LED: 61 Lm/W

Interchangeable Reflectors

Replacement LED Modules

Spot

SL-REF-LUX10-S

Narrow Flood SL-REF-LUX10-N

Flood

SL-REF-LUX10-F

2700K
3000K
3000K
3500K
4000K

85CRI
90 CRI
85CRI
85CRI
85CRI

LXS8-PW27
LXS9-PW30
LXS8-PW30
LXS8-PW35
LXS8-PW40

7 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM



Tesla 3.5"LED

Premium High Performance LED

+ Meets 2013 California Title 24 Efficiency + 3.5"aperture

« Shower light is wet location listed - Interchangeable reflectors for changing beam spreads
« Adjustable fixtures are ideal for sloped ceiling applications

« 35°visual cutoff angle for glare control

Trims (Order Housing Separately) Model Beam  Color Temp Finish Reflector/Trim
Square Downlight [
S5 S 15°
X HR-3LED-T718 N 28°
% | F 50°
=2
Square Shower Light —
(Wet Location Listed) % [
51"
HR-3LED-T818 N 28°
/bl
5%"
Square —
0°-30° Adjustable
6"
HR-3LED-T518
Ll |
5%" S 15°
N 28°
Square . E s50°
30°- 45° Adjustable [ 27 2700K
6" 9W 3000K (90 CRI) |BN  Brushed Nickel/Brushed Nickel
- { HR-3LED-T918 W 3000K CB Copper Bronze/Copper Bronze
— 35 3500K WT  White/White
=27
] Lﬁy{?J C  4000K
Round Pin Hole,
0°-30° Adjustable
e HR-3LED-T618 s 5
Round 7
30°-45° Adjustable [ s 5
p—— 6%4"
) { HR-3LED-T418 N 28°
2
L=
Round Shower Light —
(Wet Location Listed) E
51"
" HR-3LED-T218 N 250
39! o
Ls‘j,ﬁ\
HZ/BN Haze/Brushed Nickel -
Round Downlight LTEJ ‘
ﬁ 514" HZ/CB Haze/Copper Bronze _
HR-3LED-T118
( ’ . @ ‘ HZ/WT Haze/White ’
- ~31pn-
Lsyj-__J 27 2700K SB/BN Specular Black/Brushed Nickel -
S 757 [9W 3000K(90CRI)
N 28° W  3000K SB/CB Specular Black/Copper Bronze -
F 50° 35 3500K
Round C  4000K SB/WT Specular Black/White -
0™ 30 Adistable BN Brushed Nickel/Brushed Nickel —
HR-3LED-T318
“ I CB Copper Bronze/Copper Bronze -
3%
— 5y — WT White/White

Example: HR-3LED-T918F-W-CB

WAS LioHTING



Plana 6"LED Energy Star® _ S .I

High Lumen Output or High Color Rendering A
Meets 2013 California Title 24 Efficiency 3
0-10V dimming for both 120V and 277V

Energy Star®

UL and CUL Listed for wet locations

Ultra thin trim profile at less than ¥46”

Deep regression of light source and a 45° cutoff angle produces very little glare
Advanced LED technology for maximum light efficiency

Accommodates ceiling thickness up to 1”

WAC standard hanger bars provided

Equipped with holder for C-channel (not supplied)

Trim (Order Housing Separately) Model Finish Reflector/Trim

Round Downlight |
- 3" HZ/WT Haze/White

71 WR-6R1LD-T SC/WT Specular Clear/White
W e ‘ WT/WT White/White

7%"

Example: WR-6R1LD-T-WT/WT

Housings (Required)

Bridgelux® - High Brightness Xicato® - High CRI

Power: 29W Power: 22w

Lumens: Up to 1565 Lumens: Upto 785

Comparable:  39WHID Comparable: 50W PAR30

CRI: Up to 90 (Typical 85) CRI: 95

Dimming: 0-10v Dimming: 0-10vV

Rated Life: 70,000 Hours Rated Life: 70,000 Hours

When Brightness is of High Importance When Color Rendering is of High Importance

» SN

(LY

Model Housing Type Volt  Color Temp Installation
927 2700K (90 CRI)
27 2700K
30 Bridgelux 120V | 9W  3000K (90 CRI)
30H Bridgelux 277V |W  3000K
35 3500K T Non-IC New Construction
WR-6RTLD #000K EM  Non-IC New Construction,

27 2700K Emergency Backup Battery
30-X Xicato 120V W 3000K

30H-X Xicato 277V |35  3500K
C 4000K

Example: WR-6RTLD-30HO9WEM

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to %2"- 1"

9 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM
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LEDme® 1"LED Mini Recessed with Integral Driver

oL Sl s b Sold as new construction
+ All-in-one unit, ready to install right out of box !

elivaie M Goso may be re-configured in the field for remodel

Comparable: 20WMR11 « Cutout: 212", use standard hole saw
CRI: Up to 85 « Less than V" thick, super low profile = Narrow flood beam spread
. . . + 350° horizontal rotation in adjustables
Dimming: 100% — 10% die-cast aluminum trim
el - . Smooth & continuous ELV dimming « ICrated in both integral & remote driver configurations
Integral Driver/Housing & Trim Model ColorTemp  Finish
Square Open Reflector
3%"

) L % HR-LED251E
]

Square Adjustable —

20° Adjustment from Vertical I

' \ HR-LED252E
2% 27 2700K

35 3500K

Round Open Reflector C  4500K WT White

ay HR-LED211E
R DA j
ol

Round Adjustable
20° Adjustment from Vertical

3"
HR-LED212E
o
2%"

Example: HR-LED212E-27-GM

New Construction Configuration Remodel Configuration
Driver j Driver
P —
=1 - Drywall
- . ) - Drywall
-2 J 2]
= 234"
2 29—
- minl4k"
T max24n"

Effi mparison
cacy Compariso Replacement LED Modules

2700K RM1X3-27-DL
3000K RM1X3-30-DL
3500K RM1X3-35-DL
4500K RM1X3-45-DL

1 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM

20W MR11: 12 Lm/W LED 82% More Efficient

LED: 66 Lm/W




LEDme® 1”LED Mini Recessed with Remote Driver

Remote Driver Housing & Trim Model ColorTemp  Finish
Square Open Reflector {
— 3
) L pay HR-LED271R
R j
234"
Square Adjustable
40° Adjustment from Vertical ‘
I 3"
r \ HR-LED272R
N4 el
2%"
) 27 2700K BN Brushed Nickel
W 3000K
GM Gun Metal
35 3500K .
C 4500k WT White
Round Open Reflector
30
i L PQ{ HR-LED231R
A j
234"
Round Adjustable —
40° Adjustment from Vertical J
- l HR-LED232R
- I
H 19%" -
2%"

Example: HR-LED271R-27-WT

LEDme® Class 2 Electronic Drivers

Remote Driver Configuration Hardwire Dimming Watt Dimensions
Housing & Trim LD-700MA03-EDIM-IS Yes 3.5W L:5%" W:1%" H:1%"
. &max LD-700MA09-EDIM-IS Yes oW L7 W:3%" H:1%"

Driver (order separately) ONLY for home-run wiring.

~

Plug-In Dimming Watt Dimensions

LED-700MA12-P No 12w L:5" W:3¥%" H:1%"
BOTH series wiring and home-run wiring acceptable.

=

*6 ft lead wire

Multiple Terminal Block

Replacement LED Modules

Model Dimensions 2700K  RM1X3-27-DL
MTB-01 T 3000k  RM1X3-30-DL

i 3500K RM1X3-35-DL
Accommodates up to 6 output connections. LS00k RMIX3-45-DL

WAC LIGHTING

LED RECESSED 12



LEDme®

Power:

Delivered Lumens:
Comparable:

CRI:

Dimming:

Rated Life:

3"LED Recessed

5.5W (IC-Rated), 8W (Non-IC)

Up to 375 (IC-Rated), 515 (Non-IC)
35W-50W MR16

Up to 85

100% - 10%

100,000 hours

Energy Saving Performance LED Downlights

« Super low profile trim at less than 5" thick

« Deep regression of LEDs produces a very low glare with 40° visual cutoff

« Shower light is wet location listed
« Smooth & continuous ELV dimming

68

Lm/W

Trims (Order Housing Separately) Model Finish Reflector/Trim
Square Open Reflector
T 2%"
Wb BK/BN Black/Brushed Nickel
<Ve -
T e HR-LED351 WT/WT White/White
4"
Round Open Reflector —
- |
2%"
R W L 1 BK/BN Black/Brushed Nickel
. <" T _
| = ] HR-LED311 WT/WT White/White
L 47"
Round Ste Baffle ZJ/ )
8
‘ oL BK/BN Black/Brushed Nickel
> <W"T - |
: ‘ F—27%— ‘ HR-LED321 WT/WT White/White
415"
Model Finish
Square Shower Light
<" '- HR-LED371
f i
4"
CH Chrome
WT White
Round Shower Light
— T
Pk . 2%"
ok 1 HR-LED331
HI
%'

Example: HR-LED321-BK/BN

Replacement LED Modules
2700K RM-3X3-27
3000K RM-3X3-30
3500K RM-3X3-35
4500 RM-3X3-45

13 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM




LEDme® Downlight Shower Light Step Baffle
TIR Lenses Array Provides Greatest Efficacy Wet Location Listed More Advanced Glare Reduction
than a Basic Baffle

Lifetime Comparison: LED vs. 35W MR16

100,000 Hours

D R 50x Longer Life ---------=mmmmmmmeme >I
*100,000 hour rated life is based on time elapsed before LED drops to 70% luminous flux, not 0%. 2,000 Hours
606.6 Years

B LR LR 64 More Maintenace-Free Years ---------------roomommomomooooooo oo >l

*Based on 5 hours average daily use, 300 days a year use. 1.3 Years
3" LEDme® Housings (Required) Model Rating Installation Color Temp

New Construction

min 15" | NIC IC-Rated

HR-LED309 N Non-IC New Construction
27 2700K
w 3000K
35 3500K
4500K

Remodel

NE @ T
67" 5%" RIC IC-Rated
HR-LED309 R Non-IC Remodel
|

\ | A
\ — 1w

Example: HR-LED309-NIC-27

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to 34" for remodel & 1”for new construction.

WAS LioHTING



LEDme® 4"LED Energy Star® .l

Power: 10.2W (IC-Rated), 16W (Non-IC) Energy Saving Performance Energy Star® LED Downlights

Delivered Lumens: Up to 815 (IC-Rated), 1135 (Non-IC) + Super low profile trim at less than " thick

Comparable: 50W/75W MR16 + Deep regression of LEDs produces a very low glare with 40° visual cutoff

CRI: Up to 85 + Shower light is wet location listed

Dimming: 100% - 10% + Smooth & continuous ELV dimming

Rated Life: 100,000 hours 8 O
Lm/W

Trims (Order Housing Separately) Model Finish Reflector/Trim

Square Open Reflector

234" BK/BN Black/Brushed Nickel
S I i HR-LED451 BK/WT Black/White
*‘ F—2%4"—] ‘ WT/WT White/White
5"
Model Finish
Square Shower Light
CH Chrome
- HR-LED471 WT White
Model Finish Reflector/Trim
Round Open Reflector
2 uz%u BK/BN Black/Brushed Nickel
ST t: i+ HR-LED411 BK/WT Black/White
F— 39 — WT/WT White/White
5"
Round Step Baffle
%J@"
KRN >1/B--:: i | 1 HR-LED421 WT/WT White/White
——3%"— ‘
|
Model Finish
Round Shower Light
T
2% CH Chrome
WL 1 HR-LED431 .
>h T‘ ‘__3%"_" ‘ WT White
51"
Example: HR-LED421-WT/WT
Total Savings with LED vs. 75W PAR30 Replacement LED Modules
|2700K RM-6X3-27 |
Years 1 2 3 4 5 6 7 8 9 10 ‘3000K RM-6X3-30 ‘
Savings | $3389  $1927 | $7,243 | $12,559 | $17875 $23191  $28507 $33823 $39,139 $44455  3500K RM-6X3-35 |

(4500 RM-6X3-45

*Based on an electricity rate of $0.22/kWh, 10 hours average daily use, 300 days a year use, 100 fixtures at $150 per fixture.

15 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM



LEDme® Downlight
TIR Lenses Array Provides Greatest Efficacy

Shower Light
Wet Location Listed

Square Trims
Available for Both
Open Reflector and Shower

Model

M min1an
max 24%2"—¢

HR-LED418

A~

ﬂﬂﬂﬂﬂmﬁ: SEW"MMW !

3
O

N

‘ ‘ 4%g" ‘ ‘
— 1%

Example: HR-LED418-N-C-EM

WAC LIGHTING

Rating

NIC

RIC

ColorTemp Installation
27 EM

w

35

C

LED RECESSED 16



LEDme® 4"LED Energy Star® Invisible Trim™ .‘

-
Power: 10.2W (IC-Rated), 16W (Non-IC) ’
Delivered Lumens: Up to 815 (IC-Rated), 1135 (Non-IC) A g -+
m— e

Comparable: 50W/75W PAR30
CRI: Upto 85
Dimming: 100% - 10%
Rated Life: 100,000 hours 8 O

Lm/W

Finished Look Energy Star® Recessed Downlights

- Super low profile trim at less than %" thick

+ Deep regression of LEDs produces a very low glare with 40° visual cutoff
« Trim sits flush to ceiling for a sophisticated architectural look

+ Smooth & continuous ELV dimming

Trims (Order Housing Separately) Model Finish
Invisible Trim™
Square Open Reflector [
2%"
: 1 HR-LED451TL
i ‘ (B
4% -

WT/WT  White/White
Invisible Trim™

Round Open Reflector !
2%"
= HR-LED411TL
e 39—
4%"

Example: HR-LED451-WT/WT

Invisible Trim™ Housings Include a Spackle Frame to Permit a Stable Finished Installation

Housings (Required) Model Rating Shape ColorTemp Installation

27 2700K
NIC /C-Rated | RO Round @ W  3000K
N Non-IC SQ Square | 35 3500K

New Construction

New Construction

_&min 149", C  4500K
g _max 24%2"—
o 27 2700K
T New Construction
" RO Round | W  3000K
6% -
l4 N Non-IC $Q Square 35 3500K EM gran;g;ncy Backup
. HR-LED418 C  4500K
Remodel
ij 27 2700K
7% 5% RIC [C-Rated | RO Round | W  3000K
17 Remodel
e R Non-IC SQ Square | 35 3500K
Y A C  4500K

Example: HR-LED418-NIC-SQ27

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to 34" for remodel & 3" for new construction. 2700K  RM-6X3-27
3000K RM-6X3-30

3500k RM-6X3-35
4500k RM-6X3-45

17 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM

Replacement LED Modules




AR R

Install the Housing Install the Spackle Frame Spackle to the Trim Edge After Drying, Install Regressed Trim

WAS LioHTING



LED Recessed Multiples ™

« Precision
. Tesla

WAC LIGHTING



Mini LED Multiple Spots

Power: 11W/light
Delivered Lumens: Up to 755/ light
Comparable: 50WMR16

CRI: Up to 90

Color Temp: 3000K
Dimming: 100-10%
Rated Life: 50,000 hours
Input Voltage: 120V

Miniature Recessed for Remodel & New Construction
+ Meets 2013 California Title 24 Efficiency 69
« Individually adjustable luminaires

« Complete unitincludes housing & trim Lm/W
« All housings are Non-IC rated
+ 30° visual cutoff for glare control
Housing & Trim are Both Included Model CRI Installation Trim/Reflector
I-Liaht New Construction Housing (Airtight) MT-3LD111NA-F30 &5
-9 K |
g [ New Construction

MT-3LD111NA-F930 90

Remodel Housing

MT-3LD111R-F30 85

[
45!, ‘ T Remodel
| b .

a4y

MT-3LD111R-F930 90

MT-3LD211NA-F30 385

2-Lights New Construction Housing (Airtight)
Y ——13%"— — Tr.., X T New Construction
r-——-—;—ug r L MT-3LD211NA-F930 90
" | - ! BK White/Black
ite/Blac
Trim Remodel Housing WT White/White
it S I MT-3LD211R-F30 85
oy | mim mim | ¢
— 4%" Remodel
Y [ | J
8% e
MT-3LD211R-F930 90
3-Lights New Construction Housing (Airtight) MT-3LD311NA-F30 85

177" —

5 [ 1T [ o New Construction
Sl ] oo

| oY MT-3LD311NA-F930 90

b1l "fiT

\ J Lt

) Remodel Housing
Trim .
] MT-3LD311R-F30 85
aur
T & Remodel
- 123" ' |

12%" MT-3LD311R-F930 90

Example: MT-3LD211NA-F30-BK

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to %2"-1"for remodel & 72"-1" for new construction.
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Precision Multiples 4"LED Energy Star®

Power: 16W/ light Retractable Energy Star® Spot Lights
Delivered Lumens: Upto 1100/ light + Meets 2013 California Title 24 Efficiency
Comparable: 75WMR16 + Perfect for lighting in commercial, architectural
CRI: Up to 90 and retail applications
0-10V Dimming: 120Vand 277V « Adjustable up to 90° from Vertical 1100 Lumens
Rated Life: 50,000 hours - Accepts 1 replacement lens x 4 Lamps
Input Voltage: 120v-277V « Non-IC housings 4,400 Lumens
Trims (Order Housing Separately) Model Finish
1 Light _t
- B 6%" MT-4LD116T
T
*‘ 66" =
2 Lights -
_ E ot MT-4LD216T
T
o
3 Lights it

6Vi6" MT-4LD316T Trim WT White
‘T

| 15%6"

_t

4 Lights
A [ e MTaLDateT
T
20%3”*’1

4 Lights (2x2) Y

3n
- KIA B
—10%—

Invisible Trims (Order Housing Separately) Model Finish
1 Light
_ MT-4LD116TL
2 Lights

MT-4LD216TL

|

L 12%46" "

14"

3 Lights

MT-4LD316TL
Invisible Tim™ |WT White

4 Lights

MT-4LD416TL

4 Lights (2x2) *
12%6"
MT-4LD226TL

- e -

Example: MT-4LD226TL-WT
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Fully retractable
from housing

i)

69
Lm/W

"""" > <---"" Rotatable 0-350°  ENEEE]

Module &
Precision Module New Construction Housings (Required) Model Beam Color Temp Rating  Interior
MT-4LD116N
1 Light
MT-4LD216N
2 Lights
927 2700K (90 CRI)
s T 27 2700K
[~ MT-4LD316N S 20°]1 930 3000K (90 CRI) .
>D 1 Ggf 3 Lights F 40° 30 3000K Non-IC | BK Black
i 35 3500k
40 4000K
s j 0O g g T
L& A |, MT-4LD416N
| - - ‘J 7f 4 Lights
29" . B JN
= d= MT-4LD226N
‘ ” ‘— 4 Lights (2% 2)
16
Example: MT-4LD316N-S30-BK
Non-IC housings require 3" of clearance from insulation on all sides. Do the Math
Accommodates ceiling thickness of up to ¥2"-1"for new construction. Lamps Tlamp 2Lamps 3Llamps 4Llamps Result

WAC LIGHTING

16W LED 16W 48W 64W 79% More Efficient

75WMR16  75W 150W 225W 300W  Up to 236 More Watts

Lenses, Louvers & Lamps

Colored Lenses Color Lenses & Louvers
AMB Amber LENS-16-UVF UV Filter Lens
BLU Blue LENS-16-FR  Frosted Lens
LENS-16 ColoredLens | GRN  Green LENS-16-SPR Spread Lens
RED Red LENS-16-BEL Beam Elongating Lens
YEL VYellow
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Tesla LED Multiple Spots Energy Star®

Power: 22.5W/ light

Delivered Lumens:

Upto 15151Im/light

High Brightness Energy Star® Adjustable Luminaires

+ Meets 2013 California Title 24 Efficiency

ENERGY STAR

Comparable: 39WHID + ETL & cETL listed
CRI: Up to 90 « Individually retractable luminaires
0-10V Dimming: 120V and 277V + Accepts 1 lens and 1 accessory
Rated Life: 50,000 hours + Non-IC airtight housings 6 7
Input Voltage: 120V -277V
Lm/W
Trims (Order Housing Separately) Model Beam Color Temp Finish Trim/Module
1-Light
: MT-5LD125T
A
2 Lights
MT-5LD225T
L Wy
3 Lights
; : : 612" MT-5LD325T
: .- . Trim
4 Lights
MT-5LD425T
LY. L L L
\
I
4 Lights (2x2)
h, MT-5LD445T
927 2700K (90 CRI)
1-Light 27 2700K
S 251930 3000K (90 CRI) . .
MT-5LD125TL
. f F 20° 30 3000K WT White/White
35 3500K
40 4000K
2 Lights
) \ 6%" 10%" MT-5LD225TL
S
—— 185" |——
3 Lights i
, MT-5LD325TL , ..
L L L Invisible
* Trim™
B a—
* —— 2384" —
4 Lights
. 635" 10%”  MT-5LD425TL
| w—] !
4 Lights (2x2)
i 5 MT-5LD445TL
k L

Example: MT-5LD325T-S30-WT
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=
------- »---TT Rotatable 0-365°
Tesla LED Multiple Spot Housings (Required) Model Type Installation Rating
T
\\ min 142"
= max25 MT-5LD125H-NA 7 Light
[F—
167"
in 14"
g min 142 MT-5LD225H-NA 2 Lights
() L
m Z
& min 14%"
F% ?[lmgx 25 MT-5LD325H-NA 3 Lights New Construction Non-IC - Airtight
k2794
- T
R o min 145"
zao] Thax 25° MT-5LD425H-NA 4L ights
349 —
—
] min 14" .
max 25 MT-5LD445H-NA 4 Lights (2 % 2)

Loz

Non-IC housings require 3" of clearance from insulation on all sides.

Accommodates ceiling thickness of up to ¥2"-1"for new construction.

Colored Lenses Color Lenses & Louvers
AMB Amber LENS-16-UVF UV Filter Lens
BLU Blue LENS-16-FR Frosted Lens
LENS-16 ColoredLens |GRN  Green LENS-16-CRL Cross Louver
RED Red LENS-16-SPR Spread Lens
YEL Yellow LENS-16-BEL Beam Elongating Lens
LENS-16-SNOOT Snoot
LENS-16-HCM Honeycomb Louver

WAC LIGHTING
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Low Voltage 25"MR16 1Watt Minimum Load Transformers

Accommodates Most LED MR16 or Halogen MR16 Lamps

+ Retention clips secure lens firmly to lamp

- Abrasion resistant powder coat paint or plated metal finish

« Clear lens included, see opposite page for replaceable lens options

Trims (Order Housing Separately) Model Finish  Baffle/Trim
Metal Trim Step Baffle ij
7~ ~ = wT Black/White
é E@: | %" HR-834 WT/WT  White/White
— o5 —
— 3%" —
Finish
Metal Trim o
A -
/ ™ BN Brushed Nickel
”””” | Y HR-836 CB Copper Bronze
g WT White
3"
Gimbal Ring,
25° Adjustment from Vertical BK Black
BN Brushed Nickel
’ - HR-837 CB Copper Bronze
¥t CH Chrome
WT White
Example: HR-836-CB
Housings (Required) Model Installation Output  Rating Volt
Electronic Non-IC Remodel |
> - Integral Electronic Transformer
| HR-801 Remodel
o « Advanced auto-reset, soft start
2% 115" and short circuit protection
max 24" . J-box and Transformer
Electronic Non-IC _mexe Accessible through Ceiling Opening 12V,
| 50W max

.

New Construction 59/|16" (O] = 1 Suitable for Chain Wiring
a 6"~ " HR-802 Suitable for Damp Locations New Construction
i
§ x ) Suitable for use in
§ “Shallow” Joist Installations Non-IC 120V

Integral Thermal Protector

.

.

Non-IC Remodel

w
> —
.

Remote
i 37 thi
/ \ | HR-806** Mounting Surfaces up to %" thick Transformer
S « Suitable for use in Remodel
2 “Shallow” Ceiling Joist Installations 12V/24V,
35W max

For Cabinet Use |

Thermal Protection
& HR-800* in Transformers Only Remote
| Transformer

234" Snap-Out Style Mounting Clips

.

.

*Remote Electronic Class 2 Transformer Required (Sold Separately) Non-IC housings require 3" of clearance from insulation on all sides.
**Remote Electronic or Magnetic Transformer Required (Sold Separately) Accommodates ceiling thickness of up to 34" for remodel & 34" for new construction.

Lenses, Louvers & Lamps

Colored Lenses Color Lenses & Louvers LED MR16 Lamp Finish
AMB Amber LENS-16-UVF UV Filter Lens ) BK Black
BLU Blue LENS-16-FR  Frosted Lens MR16LED-BAB WT White
LENS-16 Colored Lens | GRN  Green LENS-16-HCL Honeycomb Louver
RED Red LENS-16-SPR Spread Lens
YEL Yellow LENS-16-BEL Beam Elongating Lens
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Step Baffle Metal Trim Gimbal Ring

Absorbs Stray Light to Reduce Glare Fabricated Steel Construction Adjustable Angle While Keeping
with Plated Metal Finish the Light at the Ceiling Plane

L
e b -
B
i f
r."JI.': Y ‘;, l;{r':_
; \

1 Watt Minimum Class 2 Enclosed Electronic Transformers 1 Watt Minimum Enclosed Electronic Transformers
Model Input Output Model Input  Output

EN-1260-RB2 120V 12V, 1 x 60W EN-1260-RB-AR 720V 12V, 60W

‘ EN-12120-RB2 120V 12V, 2 x 60W 4 ) ‘ EN-1275-RB-AR 120V 12V, 75W
EN-12180-RB2 120V 12V, 3 x 60W Vi %" EN-12100-RB-AR 7120V 12V, 100W
EN-12300-RB2 120V 12V, 5 x 60W EN-12150-RB-AR 720V 12V, 150W

EN-2460-RB2 120V 24V, 60W G ) EN-24150-RB-AR 7120V 24V, 150W

‘ EN-24100-RB2 120V 24V, 96W 8 ‘ EN-B12PY-AR 120V 12V, 250W

For Use with HR-800 Housing @ 120V 24V, 300W
For Use with HR-806 Housing

WAC LIGHTING LED RECESSED




Low Voltage 3’Premium MR16 1Watt Minimum Load Transformers

Accommodates Most LED MR16 or Halogen MR16 Lamps

« Die-cast aluminum construction

« Steel spring clips secure trim to housing

- Abrasion resistant powder coat paint or plated metal finish f ( ’
« Smooth & continuous ELV or MLV dimming depending on transformer

- Various lamp options available including LED

+ Clear lens included, replacement lens options available

Downlight Trims (Order Housing Separately) Model Lamp Finish  Reflector/Trim

Open Reflector,
25° Adjustment from Vertical
"' "\ SC/BN Specular/Brushed Nickel
@ ) (A HR-D321  MR16, S0W max SC/WT  Specular/White

L

-
ar"

Finish Baffle/Trim

Basic Baffle,
25° Adjustment from Vertical

HR-D324 MR16, 50W max WT/WT  White/White

I

—
I " . %"
— 2%" —

4%

Pin Hole

BK/WT  Black/White
e HR-D325  MR16, 35W max WT/WT  White/White

)
i

- V" -
4"

Speciality Trims (Order Housing Separately) Model Lamp Finish  Reflector/Trim

Adjustable Gimbal Ring,
25° Adjustment from Vertical

V.

3 BN Brushed Nickel
. Iy HR-D327  MR16, 50W max WT White
— s —
i 4%"
Shower Light With Clear Flat Lens,
25° Adjustment from Vertical
£ 0 \. HR-D329-S MR16, 35W max WT White
| A
— s
4"
Wet Location Listed
Example: HR-D327-BN
Lenses, Louvers & Lamps
Colored Lenses Color Lenses & Louvers LED MR16 Lamp Finish
AMB Amber LENS-16-UVF UV Filter Lens ) BK Black
BLU Blue LENS-16-FR  frosted Lens ‘ MR1GLED-BAB WT White
LENS-16 Colored Lens | GRN  Green LENS-16-HCL Honeycomb Louver
RED Red LENS-16-SPR  Spread Lens
YEL Yellow LENS-16-BEL Beam Elongating Lens
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Open Reflector Shower Light Pin Hole Gimbal Ring
Produces Smooth Beams Wet Location Listed Spot Distribution with Adjustable Angle While Keeping
& More Efficiency Without Glare with Clear Flat Lens High Cutoff Eliminating Glare the Light at the Ceiling Line

3" Low Voltage Housings (Required) Model  Transformer Installation ~ Output Rating Volt

Non-IC New Construction

HR-302E Flectronic New
HR-302M Magnetic Construction
R il 31%/4" ‘
min 14%" « Integral Electronic or
max 24%" Magnetic Transformer

J-Box and Transformer

Non-IC Remodel | Accessible Through Ceiling oy
| / i e HR-301E [lectronic Rated for Branch Remodel s5ow Non-IC 120V
— | and Chain Wiring

max
36"

.

.

13" - Suitable for Damp Locations
« Suitable for use in
Non-IC Remodel | “Shallow” Joist Installations
o
6|/3 HR-301M Magnetic Remodel
346"
132"

Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to 3" for remodel & 34" for new construction.
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Low Voltage 4'MRi6

Accommodates Most LED MR16 or Halogen MR16 Lamps
+ Die-cast aluminum construction

« Steel spring clips secure trim to housing

- Abrasion resistant powder coat paint or plated metal finish

1Watt Minimum Load Transformers

+ Smooth & continuous ELV or MLV dimmer depending on transformer
- Transformer and junction box accessible from below the ceiling

« Various lamp options available including LED

« Clear lens supplied, can be replaced with various options (see below)

Downlight Trims (Order Housing Separately) Model Compatible Housing/Lamp  Finish  Reflector/Trim
Square Open Reflector
H o HRDAI2S  IRIG 75W max
7
— o —
5%"
SC/BN  Specular/Brushed Nickel
Round Open Reflector, SC/WT  Specular/White
35° Adjustment from Vertical
— JZ K\L,, ,» HR-DA412 MR16, 75W max
{ ) — -
5%"
Step Baffle,
35°Adjustment from Vertical 7 é &
”~ - \ L, ‘- HR-D411 MR16, 75W max WT/WT  WhiteBaffle/White
/4
: — 5K"
Open Reflector,
35° Adjustment from Vertical
T BN Clear/Brushed Nickel
e HR-8412 MR16, 75W max cL Clear/White
b i 73%"7
e
Step Baffle,
35° Adjustment from Vertical puy BN Black Baffle/Brushed Nickel
% R CB Copper Bronze Baffle/Copper Bronze
1 TR-841 MR16, 75W max wT Black Baffle/White
* 355/5 - WT/WT  WhiteBaffle/White
Specialty Trims (Order Housing Separately) Model Compatible Housing/Lamp  Finish
Slot Trim,
35° Adjustment from Vertical
”~ | y4m HR-D413 MR16, 75W max wT White
/4
- — 20—
5%"
Shower Light with
Drop Dish Glass Dome
Z EA . CB Copper Bronze
‘ 7%" HR-D418 MR16, 50W max wT White
— 3" —
S —
Wet Location Listed :
Example: HR-D412-S-SC/WT
Lenses, Louvers & Lamps
Colored Lenses Color Lenses & Louvers LED MR16 Lamp Finish
AMB Amber LENS-16-UVF UV Filter Lens ) BK Black
BLU Blue LENS-16-FR  Frosted Lens MR16LED-BAB WT White
LENS-16 Colored Lens | GRN  Green LENS-16-HCL Honeycomb Louver
RED Red LENS-16-SPR Spread Lens
YEL Yellow LENS-16-BEL Beam Elongating Lens
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Specialty Trims (Order Housing Separately) Model Compatible Housing/Lamp  Finish
Directional Spot, 80° Adjustment from Vertical
| BK Black
25" HR-D425  MR16, 75W max BN Brushed Nickel
! wT White
— 376" —
sy
Directional Spot, 30° Adjustment from Vertical
/\ 19" HR-D41 MR16. 75W BN Brushed Nickel
'!@ > -Da16 16, 75W max WT  White
— o —
— gy ——
Shower Light Clear Flat Lens, Huﬁ
35° Adjustment from Vertical A AN
- HR-D418-S 1VIR16, 50 max wT White
3%"
. 5"
Wet Location Listed
Gimbal Ring, 25° Adjustment from Vertical
@ |1~ HR-DA17  MRI6, 75W max SVNT a%fr’;ed Nickel
sy
Gimbal Ring, 25° Adjustment from Vertical
T 9 BK Black
HR-8 VIR1E 750 BN Brushed Nickel
o 1" -8417 6, 75Wmax CcB Copper Bronze
B WT  White
Example: HR-D416-WT
4" Low Voltage Housings (Required) Model Voltage Transformer Output Installation Rating
T o
*‘ Szﬁ é® HR-8402E 120V Electronic 12V, 50W max New Construction Non-IC
) =
=— min 14%" "
max 24%" an/‘e —
f
6%6"
i "— a HR-8402HL* 120V Magnetic 12V, 75W max New Construction Non-IC
w-
i B
T 4 ¢
79115” 5 t s
1 n 10%" © ) H 120v . . -
L 44%”#4] L £ HR-8403 HE 277V Magnetic 12V, 50W max New Construction IC Airtight
min 141" i *
max 24‘/22” “7 1 7‘/3"4"
[
512"
L " — HR-8402 H 12ov Magnetic 12V, 50W max New Construction Non-IC
1 g - HE 277v Y '
min 14%2"
max 24%"
\
/1 ﬁ e
e HR-8401E 120V Electronic 12V, 50W max Remodel Non-IC
e 13%6"
5%"
/ i H | HR8a01 N 120V yionetic  12v,50Wmax  Remodel Non-IC
— HE 277v Y9 '
4%"
1%

*Not Compatible with HR-D418 or HR-D418-S
Non-IC housings require 3" of clearance from insulation on all sides.

Accommodates ceiling thickness of up to 3" for remodel & 34" for new construction.

WAC LIGHTING
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Low VoItage MR16 Multiple Spots 1Watt Minimum Load Transformers

Accommodates Most LED MR16 or Halogen MR16 Lamps

« Soft start to prolong lamp life

« Invisible Trim™ design includes patented spackle trim to ensure a finished look to the ceiling
« Supplied clear glass lens can be replaced by a variety of lenses or accessories

- 25°vertical adjustment and 350° horizontal rotation

+ Non-IC housings

- Various lamp options available including LED

Trims (Order Housing Separately) Model Finish  Trim/Reflector
1 Light
[ e
2 Lights b
Y f 6" . . WT/WT White/White
| S WP OO - mT-216 frim WT/BK  White/Black
L 10
3 Lights
o ey ne
Invisible Trims (Order Housing Separately) Model Finish  Trim/Reflector
1 Light
I|L e Jll MT-116TL
2 Lights
| S8 @b MT-216TL Invisible Trim™ | WT White
— :—"
+ —= 131" +
3 Lights o 75/
8 555"
LS s e ot e MT-316TL
B——
Example: MT-316-WT/BK
Lenses, Louvers & Lamps
Colored Lenses Color Lenses & Louvers LED MR16 Lamp Finish
AMB Amber LENS-16-UVF UV Filter Lens BK Black
BLU Blue LENS-16-FR  Frosted Lens MR1GLED-BAB WT White
LENS-16 Colored Lens | GRN  Green LENS-16-HCL Honeycomb Louver
RED Red LENS-16-SPR Spread Lens
YEL Yellow LENS-16-BEL Beam Elongating Lens
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Low Voltage Multiple Spot Housings (Required)

Example: MT-216HS

WAC LIGHTING

Model

MT-116HS

MT-216HS

MT-316HS

Type

Rating

Lamp
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Line Voltage 4'PAR20

Interchangeable Lamps

+ Durable stamped metal construction

+ Retention clips hold trim firmly to housing

- Abrasion resistant powder coat paint or plated metal finish
- Various lamp options available including LED

Downlight Trims (Order Housing Separately) Model  Lamp Finish  Reflector/Trim

Open Reflector B
% R-421 PAR20, 50W BN Brushed Nickel

M — gy — R20, 50w CL/WT  Specular Clear/White

-5

Model  Lamp Finish Baffle/Trim

BN Brushed Nickel/Brushed Nickel
W R-420 PAR20, 50W CB

R20, 50W/ Copper Bronze/Copper Bronze

3% T WT/WT  White/White
50
Specialty Trims (Order Housing Separately) Model  Lamp Finish ~ Trim

Gimbal Ring 20° Adjustment from Vertical

e o _|&ﬂ|_ BN Brushed Nickel

r ("_' e b max R-432 PAR20, 50W CB Copper Bronze

- — 3% WT White

— 5" —

Shower Light with Glass Lens

Fd R . "
f % @ R-422  A19 400 wT White

3y —
5
(Wet Location Listed)
Example: R-420-CB
Housings (Required) Model Installation Rating Voltage
IC-Rated
New Construction
5 R-402S-N-ICA New Construction IC - Airtight Ready

4%6"
min 12"
max 25”

,_%Q‘-L‘ e R-400S-N-A New Construction Non-IC - Airtight Ready 120V
e min 12"

max 25"
Non-IC Remodel |
_"F'-ﬂ | R-401S-R-A Remodel Non-IC - Airtight Ready
{ W 4"
. —11%"

Non-IC housings require 3" of clearance from insulation on all sides.

Accommodates ceiling thickness of up to 34" for remodel & 34" for new construction. LED PAR20 Lamp
Model Finish
BK Black
PAR20LED-10N30 WT  White
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Line Voltage 5"PAR30/A19

Interchangeable Lamps

+ Durable stamped metal construction - Abrasion resistant powder coat paint or plated metal finish

» Steel spring clips secure lamp to housing « Snap-in socket holders secure and position lamps

+ Provided with foam rubber gasket around outer perimeter « Various lamp options available including LED

Downlight Trims (Order Housing Separately) Model  Lamp IC Non-IC Finish  Reflector/Trim
Open Reflector

TA% R30 s5ow 75W
672"

/’,__.-————-..__1\ A19 40w 60W
” Yg" | R-521 PAR30 50W 75w CL/WT  Specular Clear/White

Finish Baffle/Trim

A% T R30 50w 75W WT/WT  White/White
TR

Step Baffle
- A19 40w 60W BN Brushed Nickel/Brushed Nickel
6 Y | R-520 PAR30 50W 75W CB Copper Bronze/Copper Bronze

Specialty Trims (Order Housing Separately) Model  Lamp Non-IC Finish  Trim

Gimbal Ring 20° Adjustment from Vertical

T |=&L g BN Brushed Nickel
O max g ReS32 PARSO W Wiite

—

Shower Light with Glass Lens

. e R522 419 00 WT White

— 61/2" —
(Wet Location Listed)

Example: R-522-WT

Open Reflector Step Baffle Shower Light Gimbal Ring

Produces Smooth Beams Absorbs Stray Light to Reduce Glare Wet Location Listed Adjustable Angle While Keeping

& More Efficiency Without Glare with Glass Lens the Light at the Ceiling Plane
Housings (Required) Model Installation Rating Voltage

IC or Non-IC New Construction

R-500-N-UA New Construction
IC/Non-IC Rated — Airtight Ready

(Can be used in IC 120V
or Non-IC construction -
depending on lamp type above)

I R-501-R-UA Remodel
| %
5%"
- —11"%e"
Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to %" for remodel & %" for new construction. LED PAR30 Lamp
Model Finish
BK Black
PAR30LED-L14N30 WT White
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Line Voltage 6'PAR30/A19

Interchangeable Lamps

« Durable stamped metal construction

« Trims secured to housings with steel springs

« Provided with foam rubber gasket around outer perimeter
- Abrasion resistant powder coat paint or plated metal finish
« Various lamp options available including LED

Trims (Order Housing Separately) Model  Lamp Finish Reflector/Trim
Open Reflector ﬂ
P B : PAR30, 75W :
w 36" | E— R-656 R30, 75W CL/WT  Specular/White
P p—
Model  Lamp Finish Baffle/Trim
Step Baffle
» PAR30, 75W BN Brushed Nickel/Brushed Nickel
V6" | R-620 R30, 750 CB Copper Bronze/Copper Bronze
6T ! WT/WT  White/White
D p—
Model  Lamp Finish Trim
Gimbal Ring
20° Adjustment , o
from Vertical i
S p 1t R633  PARI0 o BN Brushed Nickel
max e ’ WT White
— 7
Shower Light
with Glass Lens \/
— g | —1
\ — 5y R-651  A19,400/ wT White
7%"
(Wet Location Listed)
Example: R-620-BN
Housings (Required) Model Installation Rating Voltage
IC-Rated New Construction
R-602D-N-ICA New Construction
IC - Airtight Ready 120V
IC-Rated Remodel |
7%"
‘ R-603D-R-ICA Remodel
6%"
12%"
Non-IC housings require 3" of clearance from insulation on all sides.
Accommodates ceiling thickness of up to %" for remodel & 34" for new construction. LED PAR30 Lamp
Model Finish
BK Black
PAR30OLED-L14N30 LED PAR30Lamp WT White
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Line Voltage PAR30 Multiple Spots

Adjustable Recessed Lights

+ May be installed in new construction or drop ceilings
« Invisible Trim™ design includes patented spackle trim to ensure smooth ceiling finish and a clean look
« 25°vertical adjustment, 350° horizontal rotation

+ Order lamps separately

Trims (Order Housing Separately) Model Finish  Trim/Reflector
1 Light -
- 8%
" MT-130
: T I
. i
e]e
81" . WT/WT White/White
_ - mMT-230  Trim WT/BK  White/Black
o
3 Lights .
WD R AN ¢ mT330
« : T
| 209
Invisible Trims (Order Housing Separately) Model Finish  Trim/Reflector
1 Light
o MT-130TL
2 Lights
. 7%"
-q.-._.—_],' MT-230TL
\.-_ I Y Invisible Trim™ WT White
3 Lights .
LI O O 7H MT-330TL
Example: MT-330-WT/BK
Line Voltage PAR30 Multiple Spot Housings (Required) Model Type Rating  Lamp
: 3 ‘
v .
| MT-130HS 1Light 1x PAR30, 75W
MT-230HS 2 Lights Non-IC | 2 x PAR30, 75W
MT-330HS 3 Lights 3xPAR30, 75W
4y 20%——

Example: MT-130HS

Non-IC housings require 3" of clearance from insulation on all sides. !I\-AEIZ Il)AR?’O Lamp Finich
Accommodates ceiling thickness of up to 34" for remodel & 34" for new construction. cde IS
BK Black
PAR30LED-L14N30 WT White
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Metal Halide PAR30 Multiple Spots

Adjustable Recessed Lights

- All fixtures operate on all voltages from 120V through 277V
« Integral electronic ballasts

» May be installed in new construction or in grid ceilings

« Individually adjustable lighting elements offered with minimal extension below the ceiling plane

« 25°vertical adjustment, 350° horizontal rotation
+ Order lamps separately (CDM PAR30 - 20W, 39W or 70W)

Trims (Order Housing Separate|y) Model Finish  Trim/Reflector
i
1Light
A N o MT-130MH
A gy
. i
LA
@ @ 8% MT-230MH
\ o
~ 4% WT/WT White/White
WT/BK White/Black
3 Lights
SIS I o MT-330MH
| 20%———
4 Lights : : -
O @ ‘ %" MT-430MH
el 00 i
| 26%" !
Example: MT-330MH-WT/BK
Metal Halide PAR30 Multiple Spot Housings (Required) Model Type Rating Lamp
20 1 x20W
MT-130MH  1-Light 39 7x390
70 1x70W
97‘/8,, 20 2x20W
MT-230MH  2-Lights 39 2x390
70 2x70W
Non-IC
20 3x20W
MT-330MH  3-Lights 39 3x39W
70 3x70W
L 20 4x20W
o | - I 8 MT-430MH  4-Lights 39 4x39W
D N 70 4x70W

e 2%

Example: MT-130MH-39

Non-IC housings require 3" of clearance from insulation on all sides.

Accommodates ceiling thickness of up to 34" for remodel & %" for new construction.

WAC LIGHTING
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1" Aperture Recessed Downlights Select by Trim Type

Max Max All
Product Model cCcT Lumens Finish Cutout  Compatible Housing Input  Power  Specs
27 2700K IC rated new construction and remodel
‘ - HR-LED211E W 3000 BN in one configurable unit. 350 p.11-12
) 35 3500k | 200 GM 210" 1 rated Romote Dri 120V | )
b= . 4500K wT rated Remote Driver .
=) HR-LED231R ¢ w0 (Required, Order Separately) p.11-12
c
2 27 2700K IC rated new construction and remodel
Do HR-LED251E W 3000K BN in one configurable unit. 350 p.11-12
bt 35 3500 | 200 GM 2% 120V 1y
Remote Driver
- C  4500K wT 11-
‘ HR-LED271R (Required, Order Separately) p.11-12
HR-LED212E .
(20° Adjustment 27 2700K fg; "'f:‘z ::;V Z‘:;’Z;:ﬂ‘t’” e p.11-12 @
. from Vertical) \:;v5 ;oggi . 2',‘; i J ' oy | 35W
2
L HR-LED232R ; WT ) (LED)
- C 4500K Remote Driver
2 (20° Adjustment (Required, Order Separately) p11-12
:g from Vertical) G P V.
[%)
=X HR-LED252E .
'2 (20° Adjustment 27 2700K (C rated ne;v con;;ruct{on and remodel p.11-12
from Vertical) W 3000K BN in one configurable unit. 350
-}y 200 GM 21" 120V | 7
5 uRiep27aR 35 J500K wT ‘ (LED)
R C  4500K Remote Driver
(20° Adjustment . p.11-12
from Vertical) (Required, Order Separately)

2" Aperture Recessed Downlights Select by Trim Type

Max All
Product Model Beam CCT Lumens Finish  Cutout Compatible Housing Specs
S 15°
e HR-2LED-T109 N 26° 595 p.5
F 45° .
Model Housing Type* Voltage Max Power
HR-2LED-H09D-ICA a 120V 14.5W (LED)
27 2700K L:15-24%2" W: 157" H:5%2"
2 s 1650 W 3000K BN
) o ?::;;"?;:;109 N 30° 25 féggﬁ 730 B HR-2LED-H09-HICA a 277V 105W(ED) | p.4
= y - o C1C A" N TETR" He B
c F 53 | owsonox wT L:15-24%" W:15%" H:5%
8 (90 CRI)
HR-2LED-R09D-A d 120V 14.5W (LED)
L:13%" W:3%" H:578"
— S 15°
E_‘ HR-2LED-T709 | N 26° 615 p.5
F 45°
—
m
HR-2LED-T309 v
. (0-30° 590 p.5
27 2700k HR-2LED-HO9D-ICA a 120V 14.5W (LED)
3 — s 150 W 300K BN L:15- 24" W:15%" H:5%"
] ‘ | HR-2LED-T409 N 26° 35 3500K 495 B Py ' ’ ’ 5
e (30-45°%) C 4500k p:
5 F 45" | 9w 3000k wT HR-2LED-H09-HICA a 277V 10.5W (LED)
<<
(90 CRI) L:15-24%5" W:15%" H:5%"
HR-2LED-T509
‘ E_‘ (0309 540 p.5
] 27 2700k HR-2LED-HO9D-ICA a 120V 14.5W (LED)
N W 3000K BN L:15-24%2" W:15%" H:5%2"
4 35 3500K HR-2LED-H09-HICA a 277V 10.5W (LED)
2 - K ° " .
3 e HR-2LED-T209 | N 26° | o= Sook | 230 S:T 2 L:15-24%" W:15%" H:5%" P-5
v W 3000K HR-2LED-R09D-A d 120V 14.5W (LED)
l (90CRI) L13%"  W:3%" H:STh"
*Compatible Housing Types a: New Construction IC-Rated b: New Construction Non-IC-Rated c: Remodel IC-Rated d: Remodel Non-IC-Rated
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2.5" Aperture Recessed Downlights Select by Trim Type

Max All
Product Model Lumens  Finish Cutout  Compatible Housing Specs

X = wr i * i
. HR-834 WT/WT Model Housing Type* Voltage Max Power | p.25 S
oc HR-802 b 120V 50WMR16 g
= e "o T =
> 800 BN L:15-24%2" W: 776" H:5 g_
2 ° HR-836 o) | cs HR-801 d 120V SOWMRIG | 55 Z
5 wT 5% | L11%"  Wi3%s" H:5” l
3 540 HR-800 n/a  12v/24V 35WMR16 T
3 35w) | BK L2 W:3%” H:4” z
‘,?) HR-837 cB HR-806 d  12V/24V 35WMRI16 .25 2

— CH L: 234" W:3%6" H:5Y2" o

wT %

3" Aperture Recessed Downlights Select by Trim Type

Max
Product Model cCcT Lumens  Finish Cutout  Compatible Housing All Specs
0 HR-LED311 Hous p.13-14
Model CCT Type* Voltage Max Power
BK/BN HR-LED309-NIC a 120V 5.5W (LED)
WT/WT L:15-24%" W:6%" H:5%"
2700K
E 3000K HR-LED309-N 27 2700k | b 120V 8W (LED)
o
o (=] HR-LED351 | 35001 | 515 3% | L15-24%" W:6%" H:5%" |W 3000k p13-14
4500K
HR-LED309-RIC 25 féggﬁ c 120V 55W(LED)
L:15-24%" W:3%" H:5%"
HR-LED309-R d 120V 8W (LED) o
’ BK/BN L:15-24%" W:3%" H:5%" } 2
O HR-LED321 WT/WT p.13-14 5
s
>
a
T S HR-302E b 120V 50WMR16
© HR-D324 WT/WT L:15- 242" W:6%" H:6" p.27-28
< HR-302M b 120V 50WMR16
g L:15-24%" W:6%" H:6"
= n/a 800 3%" | HR-301E d 120V 50WMRI6
(e} ” ” ”
- ., L:13% W: 4%6” H: 5%
3 aOh HR-D321 SC/BN & ® 2 p.27-28
H LS SC/WT HR-301M d 120V 50WMR16
T L13%"  W:4%6" H:6"
HR-LED309-NIC a 120V 5.8W (LED)
0 HR-LED331 L:15-24%" W:63%4" H:5%" p.13-14
2700K HR-LED309-N 27 2700k | b 120V 8W (LED)
4 3000K CH L:15-24%" W:6%" H:5%" |W 3000K
o 3500K | 340 wT 3% HR-LED309-RIC 35 3500K | ¢ 120V 5.8W(LED)
4500k L:15-24%" W:3%" H:5%" |C 4500K -
H HR-LED371 HR-LED309-R d 120V 8W (LED) p.13-14 3
L:15-24%" W:3%" H:5%" E
gl;-vr/):;i)-s wT p.27-28
HR-302E b 120V 50WMR16
L:15-24%" W:6%" H:6"
O
= HR-302M b 120V 50WMR16 ]
L:15-24%" W:6%4" H:6"
> | O 0'\ HR-D325 o0 BK/WT ozrm | 3
= 35W va WT/WT | 3%" e
S (e ! © HR-301E d 120V S0WMRI6 z
> L1347 Wed%s" H:5% ®
) 1
-
HR-301M d 120V 50WMR16 I
>
— BN L:13%6"  W:4%e" H:6" &
&)  HRD3 wr p2728 | &
o
T
*Compatible Housing Types a: New Construction IC-Rated b: New Construction Non-IC-Rated c: Remodel IC-Rated d: Remodel Non-IC-Rated
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3.5" Aperture Recessed Downlights Select by Trim Type

Max All
Product Model Beam CCT Lumens  Finish Cutout  Compatible Housings Specs
@ BN
L HR-3LED-T618 S 15° cB p.7-8
£ wT
a.
S 75°
HR-3LED-T318 N 28° HZ/BN p.7-8
F 500 HZ/CB
HZ/WT
SB/BN
875 SB/CB
SB/WT
BN
S 15° CcB
HR-3LED-T118 N 28° wT p.7-8
(3] o
2 F 50
©
7
k=
T
<
o Max
s 750 Model Housing Type* Voltage Power
HR-3LED-T418 N 28 HR-3LED-H18D-ICA a  120V- 215w p-7-8
F L:15-24%" W: 16%" H: 6" 277V
HR-3LED-H18D-EMICA a  120V- 21.5W
L:15-24%" W:16%" H:6" 277V
S 15° BN
HR-3LED-T518 N 28° 770 cB Emergency Backup p.7-8 | —
o wT m
F 501 27 2700k HR-3LED-H18D1-ICA a  120V- 215w o
W 3000K L: 10% - 24" W: 21" H:6%" 277v
35 3500K o
C  4500K %k
9W 3000K =
s o (90 CRI) HR-3LED-H18D-A b 722707\(/» 21.5W
- HR-3LED-T918 N 28° L:15-247" W:84" H:6% p.7-8
F 50°
HR-3LED-R18D-A** d 120V- 21.5W
L13%"  W:4%" H:6%” 24
9]
g **Not compatible with HR-3LED-T318, HR-3LED-T418,
S HR-3LED-T218 875 HR-3LED-T518, HR-LED-T618 and HR-3LED-T918 (when p.7-8
adjusted)
BN
N 28° cB
wT
HR-3LED-T818 p.7-8
BN
HR-3LD-ET118 F 40° 1070 cB p.7-8
wT
8
=
=)
=
2
o
a
S 15° BN
E HR-3LED-T718 N 28° 875 cB p.7-8
F 50° wT

*Compatible Housing Types a: New Construction IC-Rated b: New Construction Non-IC-Rated c: Remodel IC-Rated d: Remodel Non-IC-Rated
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4" Aperture Recessed Downlights Select by Trim Type

Max All
Product Model Beam CCT Lumens Finish Cutout Compatible Housings Specs
Hous
Model CCT Type* Voltage Max Power
. HR-LED431 HR-LED418-NIC a 120V 102w p.15-16
L:15-24Y2" W:6%" H: 52"
2700K HR-LED418-RIC c 120V 102w
8 3000K CH » L:1178" W:7%" H:5%" 27 2700K
— /a1 zs00k 1135 \wp | 4% HR-LEDA18-N W 3000k | b 120V 16W
4500K L:15-242" W:6%" H:5%." | 35 3500K
HR-LED471 HR-LED418-R C Wty e rovew 15-16
L11%"  W:7%" H:5%" P
HR-LED418-N-EM b 120v 16W
L:15-242" W:6%" H:5%" Emergency Backup
HR-8403H a 120V 50W MR16
L:15-24Y" W: 10%" H: 7%6” 2]
/.----—h--..,\I HR-8403HF a 277V 50WMR16 g
3% HR-Da1es wr L:15- 24" W 10%" H: 7%" p2930 @
HR-8402E b 120V 50W MR16
L:15-24Y2" W:5%6" H: 414"
HR-8402H b 120V 50WMR16
2 L:15-24%" W: 66" H: 51"
[a'
= 800 HR-8402HF b 277V 50WMRI16
500,
& (sow) L | L 15-24" W:6"ie” H: 514"
k] n/a n/a 4%
E 1400 HR-8402HL* b 120V 75W MR16
> (75W) L:15-24%" W: 6" H: 6%6”
o
- d 120V 50WMR16
HR-8401E
HR-D418 cB ,, ” P p.29-30
WT L:13%6 W: 4%6” H: 4%
HR-8401H d 120V 50W MR16
L:11%6” W:4%s" H:5%"
HR-8401HF d 277V 50W MR16
L:11%6” W:4%" H:5%"
*Not Compatible with HR-D418 or HR-D418-S
— cCcT Hous
“ MT-4LD116T Model Beam Type* Voltage Max Power | p.21-22
HR-4LD116N S 20°|27 2700K b 120V- 16W (LED) n
2700K F 40°|30 3000K 277V 2
20° | 3000 o | L15-24%7 weew Hesv |35 3500K &
40° | 3500k | 1100 | WT 4 40 000K S
o 4500K =
4 90 CRI 2
“ MT-4LD116TL 927 2700K p21-23 | &
9W 3000K
MT-3LD111NA-F30 <
MT-3LD111NA-F930 New Construction Integral Housing Type* Voltage Max Power %
: (90 CRI Option) BK L:15-24%" W:18%" H:5%" b 120V 11W(LED) =
“ n/a 3000K | 755 WT 434" p.20 wn
MT-3LD111R-F30 Remodel Integral Housing Type* Voltage Max Power '8
—
MT-3LD111R-F930 L:4%" W4l H:6" d 120V 11W(LED) @
(90 CRI Option)
*Compatible Housing Types a: New Construction IC-Rated b: New Construction Non-IC-Rated ¢: Remodel IC-Rated d: Remodel Non-IC-Rated
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4" Aperture Recessed Downlights

Select by Trim Type

Max All
Product Model cCcT Lumens Finish ~ Cutout Compatible Housings Specs
Hous Max
o HR-LED411TL WT/WT Model Shape CCT Type* Volt Power p.17
(Invisible Trim™)
HR-LED418-NIC a 120V 102w
L:15-24%" W:6%" H: 5"
HR-LED418-RIC 27 2700K| € 120V 10.2W
L:117%” W:7%" H:5%" | RO Round|W 3000K
HR-LED451TL WTIWT HR-LED418-N SQ Square| 35 3500K | b 120V 15W .
(Invisible Trim) L:15-24%" W:6%" H:5%" C 4500 p:
500K HR-LED418-R d 120V 16W
i ST (VDD
00k L:117% W: 7% H: 5%
3500K 1135 4%"
HR-LED411 500K BK/BN
(Trim) BK/WT HR-LED418-NIC a 120V 102w p.15-16
. WT/WT L:15-24%" W:6%" H: 5%
%» HR-LED418-RIC 27 2700K| ¢ 120V 10.2W
= HR-LED421 L: 117" W:7%" H:5%" W 3000K
c I —— -
z (Trim) WwT/wT HR-LED418-N 35 3500K| b 120V 16W p.15-16
a L:15-24%" W:6%" H: 5%" C 4500
BK/BN HR-LED418-R d 120V 16W
. HR-LED451 BK/WT L: 117" W: 76" H:5%" p.15-16
(Trim) WT/WT
A R-a21 CL/WT .33
R-4025-N-ICA a 120V sowpAR20 | P
L:12-25"  W:4%" H:6”
- R-420 /a 50 BN D R-400S-N-A b 120V 50W PAR20 p33
cB L:12-25"  W:4%" H:5%"
BN R-401S-R-A d 120V 50W PAR20
L:11%"  W:4%" H:5%e"
. | R-a32 cB ° ° © p33
wT
“49- "~ HR-D416 p.29-30
()
BK
BN
o wT
' HR-D425 HR-8403H a 120V 50WMRI16 p.29-30
L:15-24%" W: 10%" H: 7%s"
BK
HR-8403HF a 277V 50WMRI16
5 ™| HR-8417 BN
R ST (T O (Vb5 _
@ (steel) pol L:15-24%" W: 10%" H: 7%s p.29-30
wr HR-8402E b 120V 50WMR16
= | HR-D417 L:15-24%" W:5%6" H: 4%
o & | (dic cost ":,NT p.29-30
= Aluminum) HR-8402H b 120V 50WMRI16
*5 L:15-24%" W:6'Ye" H: 5%
ol o
< ) HRDa12 800 HR-8402HF b 277V soWMRle | P29-30
(50w) SC/BN L:15-24%" W: 66" H: 512"
n/a SC/WT | 49%¢”
H‘ HR-D412-S 1400 HR-8402HL* b 120V 75W MR16 p‘29,30
(75W) L:15-24%" W:6"e" H: 66"
— HR-8401E d 120V 50WMR16
D ' HR-DaM wr/wT L:13%"  W:4S%" H: 404" p-29-30
HR-8401H d 120V 50WMRI16
’(‘1‘ HR-8412 gr L:11%6”  W:4%" H:5%" p.29-30
HR-8401HF d 277V 50WMRI16
) g: L:11%6"  W:4%" H:5%"
‘_ HR-8411 WT p.29-30
WT/WT *Not Compatible with HR-D418 or HR-D418-S
T —
k) @  HR-D413 wT p.29-30
wvy

*Compatible Housing Types

a: New Construction IC-Rated

b: New Construction Non-IC-Rated

43 LED RECESSED For up to date product specifications and assistance please visit WAC LIGHTING.COM

c: Remodel IC-Rated

d: Remodel Non-IC-Rated
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5" Aperture Recessed Downlights Select by Trim Type

Max All
Product Model Lumens  Finish Cutout Compatible Housing Specs [
" R-521 1000 cL/wr p34 9
Model Housing Type* Voltage Max Power §
- BN R-500-N-UA aor b (depending on lamp type) 120V 75W PAR30 =
Wy e 000 cB L1225 ST p34 |
WT/WT — 200 @
o R-501-R-UA cord (depending on lamp type) 120V 75W PAR30 !
2 L:11%46”  W:5%" H:73%" z
< ——, BN 56" =
o ] R-532 1000 wT p.34 a
s
o)
R-500-N-UA aor b (depending on lamp type) 120V 40WA19 T
— L:12-25"  W:5%s" H:7" ©
- . -
et R-522 400 wr R-501-R-UA cord (depending on lamp type) 120V 40WAT19 p34 g
L:11%h”  W:5%" H:734" ]
: L
O
- WT/WT l
o MT116 .31-32
. WT/BK Vodel Housing Typee Vol T
- ode ousing Type* Voltage Max Power =
2 n/a 5547 | MT-116HS b 120V 50WMR16 o
= L:14" W:6"  H:7W o
> =
= L =0 mmieTL wT p3132 o
o @
—
i l
" . H
6" Aperture Recessed Downlights Select by Trim Type
Max All
Product Model Lumens  Finish  Cutout Compatible Housing Specs
Hous 920 Max
Model Type* Voltage CRI ColorTemp Installation  Power
5 WZWT| | WRRTLDGidgelo) | 130 120V guy 27 2700K i
S W wreriDT | 1565 SC/WT | 6% L:12%" W:12%" H:7% W 3000K |T  Housing P9 =
wT/wT WR-6RTLD (Xicato) b 30-X 120V y 25 zgggﬁ EM Backup g
n/a =
L:12%" W:12%" H:7%" 30H-X 277V 2w &
Z
BN
(E} R-620 cB p35
WT/WT
Model Type* Voltage Max Power i
Wi R-656 CL/WT R-602D-N-ICA a 120V 75W p.35 >
2 Y (100W max) L:12-25"  W-6%" H:7" o
& 1050 676" : : : c
= BN &
L R-633 WwT R-603D-R-ICA c 120V 75W p.35 %
L: 12%" W:6%" H:7%" 1
%)
R-651 >
(60W max) wr P35 CE)
]
" ) .
7" Aperture Recessed Downlights Select by Trim Type
Max All
Product Model CcCcT Lumens Finish Cutout Compatible Housing Specs
A MT-5LD125T | 927 2700K (90 CRI) p.23-24
27 2700K Hous
930 3000K (90 CRI) Model Type* Voltage Max Power
[a) 1515 WT 636" - L
o 30 3000K MT-5LD125H-NA b 120V 22.5W (LED)
" k . MT-5LD125TL 35 3500K L:14Y2-25" W:16¥s" H:5” p.23-24
l 40 4000K
=<
[ c
i WT/WT =
B MT130 WT/BK Model Type* Voltage Max Power | p.37 -%
o
o 77 | MT-130HS b 120V 75W, PAR30 X%
< _ L:14” W:8"  H:7%" 2
= wmmsomL wT p.37 @
J n/a n/a
v Model Lamp Type* Voltage Max Power
% 20 20W
T BN MT-130MH WTWT| MT-130MH |39 391/ b 120V 70W,CDM | p3g
= WT/BK 70 70W
% L:1478" w:8” H: 8%"

*Compatible Housing Types

WAC LIGHTING

a: New Construction IC-Rated

b: New Construction Non-IC-Rated

c: Remodel IC-Rated
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LED Beauty Spots™

Polished and cut by hand from optic crystals to create sparkling patterns of light.
An impressive custom crystal display arranged in a pattern or in a random array on walls or ceilings.
Smooth and continuous ELV dimming. Also available in Xenon.

1. Choose a crystal (See next page for detailed images)

!
4 34"
@ 1% Q DR-G352-CL Clear
) —1%"-
e\
34" |
) DR-G352-AM Amber
—1%"-
‘ (
1%"
A DR-G352-RD Red
—1%"-
\
DR-G352-BL Blue
ﬁ? DR-G362-CL Princess
‘.E;. DR-G361-CL Duchess
’
‘i}*? DR-G363-CL Empress
i 0
‘::_ ‘) DR-G355-CL Cubix
-
)
;l’,,k DR-G356-CL Irix
(Y

2. Order a canopy for each crystal
Py y ColorTemp Lumens Voltage Wattage Rated Life Finish Cutout

NCch
27"
Integral LED , _ DR-LED302-30-CH  3000K 150 24V 4.5W 50,000 hours Chrome  23z"
—F S
234"
—_
Bi-pin | ©
(12V Xenon 27" DR-301-CH 3000K 200 12V,24V  20W 10,000 hours ~ Chrome — 2%"
included) ‘ < g DK
72%",
3. Select a corresponding transformer Dimension Max Max
Input  Output Min Load (LxWxH) Fixture Run  Run Length
Integral LED Canopy EN-2460-RB2 120V 24V, 60W (class 2) 1w 612" x 156" x 114" 12 30’
(Order with DR-LED302-30-CH) EN-24100-RB2 120V 24V, 96W (class 2) 1w 6Va"x 156" x 114" 21 40’
EN-1260-RB2 120V 12V, 60W (class 2) w 656" x 156" x 118" 3 25'
Xenon Bi-pin Canopy EN-1275-RB-AR 120V 12V, 75W w 658" x 156" x 118" 3 30'
(Order with DR-301-CH) EN-12100-RB-AR 120V 12V, 100W w 6%4"x3"x 198" 5 30’
EN-12150-RB-AR 120V 12V, 150W w 6%4"x3"x 154" 7 35’

For up to date product specifications and assistance please visit WAC LIGHTING.COM BEAUTY SPOTS™ 46



LED Beauty Spots™ Crystals

LED Beauty Spots™ system consists of a crystal, a canopy, and a transformer all sold separately
Crystals are shown with LED canopy DR-LED302-30-CH
See previous page for ordering information.

Clear

DR-G352-CL

D

1%"

134"

Amber

DR-G352-AM

O

1"

134"

Red

DR-G352-RD —
v 1 ™
() Z A
1%
Blue
DR-G352-BL 7 e iy \\
1 3/8" Q .. " | \‘
154" '
p
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LED EXTERIOR

Consult the factory to take advantage of our custom capabilities in large quantities.
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Rubix LED wall Mount 58

Lm/W

WSs-w2504 WS-W2505

Comparable: 75WMR16
Color Temp: 3000K

CRI: 85
Dimming: 100% — 10%
Rated Life: 70,000 hours

High power exterior rated wall mount for safety and architectural illumination
Meets 2013 California Title 24 Efficiency

IP65, ETL & cETL wet location listed

Die-cast aluminum construction 57 6
Powder coat finishes

.

« Smooth and continuous ELV dimming &
« Universal driver (120V-220V-277V) )
Delivered
Distribution Beam Voltage Watt Lumens  Finish
E bown Ws-w2504  8s° 120V-277V  17W 980
(Dark sky friendly) AL Brushed Aluminum
BK Glack T
BZ Bronze ke |
GH Graphite e
WT White
|| Up & Down WS-W2505  70° 120V-277V  33.5W  980x2

Example: WS-W2505-GH

51 LED EXTERIOR For up to date product specifications and assistance please visit WAC LIGHTING.COM



Rubix LED Ceiling Mount 58

Lm/W

/3

Lm/W

FM-W2505 FM-W2510
FM-W2505 FM-W2510
Comparable:  75WMR16 70W HID
Color Temp: 3000K 3000K
CRI: 85 85
Dimming: 100% - 10% 100-10%
Rated Life: 70,000 hours 70,000 hours 5" . 5"
I
High Power Exterior rated square ceiling mount for safety and architectural illumination
+ Meets 2013 California Title 24 Efficiency FM-W2505
» IP65, ETL & cETL wet location listed
« Die-cast aluminum construction 10" 10"
« Powder coat finishes 14,,
+ Smooth and continuous ELV dimming
- Universal driver (120V-220V-277V) FM-W2510
Delivered
Distribution Beam Voltage Watt Lumens  Finish
Down FM-W2505 88° 120v-277V  17W 980 B
AL Brushed Aluminum
BK Glack T
BZ Bronze [t |
GH Graphite e
WT White
f Down FM-W2510 97° 120V-277V 32.5W 2365

Example: FM-W2510-GH

WAC LIGHTING
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Tube LED Wall Mount

63

Lm/W
WS-W2605 WS-W2604

Comparable: 75WMR16

Color Temp: 3000K

CRI: 85

Dimming: 100% - 10%

Rated Life: 70,000 hours

o

High power exterior rated cylinder wall mount 4" 11" LL/Z

« Meets 2013 California Title 24 Efficiency _

« IP65 rated, ETL & cETL wet location listed 5 67"

« Solid aluminum construction

+ Powder coat finishes - )

« Smooth and continuous ELV dimming W5-W2605 W5-W2604

Delivered
Distribution Beam Voltage Watt  Lumens Finish
[u DDOWZ oo, WS-W2605  55° 120V 18W 1145
g (Dark sky friendly) AL  Brushed Aluminum
BK Black T
BZ Bronze B - |
GH  Graphite P R
WT White
Up & Down WS-wW2604 20° 120V 32w 1098 x2

Example: WS-W2605-BK

53 LED EXTERIOR For up to date product specifications and assistance please visit WAC LIGHTING.COM



Tube LED Ceiling Mount and Pendant Downlight 59

Lm/W
FM-W2605
Comparable: 75WMR16
Color Temp: 3000K
CRI: 85
Dimming: 100% - 10% 5"
Rated Life: 70,000 hours ? T
. . . - 5" Max
High power exterior rated cylinder ceiling mount f— 50"
+ Meets 2013 California Title 24 Efficiency 5 .,
« P65 rated, ETL & cETL wet location listed 5
+ Solid aluminum construction A B 0
b ,,
+ Powder coat finishes e
- Smooth and continuous ELV dimming FM-W2605 PD-W2605 PD-W2605
Delivered
Distribution Beam Voltage Watt Lumens Finish
Ceiling Mount ~ Down FM-W2605 35° 120V 18W 1060
AL  Brushed Aluminum
BK Black BT
BZ Bronze e - |
® GH Graphite P
WT White
Pendant Down PD-W2605 35° 120V 18W 1060

Example: PD-W2605-BK

WAC LIGHTING
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Tube Architectural LED Wall Mount

Power: 120V -277V
CRI: Up to 90

0-10V Dimming:  100% - 10%
Rated Life: 80,000 hours

High performance facade LED wall mount light

+IP65 rated, ETL & cETL wet location listed

+ Meets 2013 California Title 24 Efficiency

+ Energy Star® rated

+ Solid aluminum construction

+ ANSI compliant warm/neutral LED bins, for the finest color consistency possible
« Universal driver (120V-220V-277V)

Th" %"
61" 27" | =]
WH" " | _
[t :H 1’ :H l 5"
1 ” 5" 113" 1
71/4 j ts vk -
DS-WS05 DS-WS06 DS-WSo08
‘ 77%" ‘27/8?' "‘-4’
6%“ 27/8“ I
[t

4% %"

e
_ ) o
- :H t o 2% :H I DS-WS05

68

Lm/W

=

SRR ENERGY STAR

i,

- DS-WDO05
o j JS"
DS-WDO05 DS-WDO06 DS-WDO08
Max
Delivered
Distribution Diameter Watt Lumens  Color Temp Light Direction Finish

S Straight up or down
F927 2700K (90 CRI)

05 57 24w 1560 F27  2700K

Single DS-WS 06 6" 42w 2445 F930 3000K (90CRI) |A Away from the wall
08 &8 54w 3685 F30 3000K
F35 3500K

B Towards the wall

261 o] P |
L [Cag [

S Straight up and down

F927 700K (90CRI) A Away from the wall
05 57 24Wx2 1560x2  F27  2700K

Double  DS-WD 06 6" 42Wx2 2445x2  F930 3000K (90CRI)
08 8 54Wx2 3685x2 F30 3000K

F35  3500K B Towards the wall

SO

C Oneside each

Bk sock NN
WT White

Bz sronze
GH Graphite I

Example: DS-WS06-F30B-BK

55 LED EXTERIOR For up to date product specifications and assistance please visit WAC LIGHTING.COM




Tube Architectural LED Ceiling Mount and Pendant Downlight 74

Lm/W
Power: 120V -277V ’-‘
CRI: Up t0.90
0-10V Dimming:  7100% - 10%
Rated Life: 80,000 hours

High performance exterior rated LED downlights

«|P65 rated, ETL & cETL wet location listed

+ Meets 2013 California Title 24 Efficiency

+ Energy Star® rated

«Solid aluminum construction

+ ANSI compliant warm/neutral LED bins, for the finest color consistency possible
« Universal driver (120V-220V-277V)

7" £
8 i
912 119"
i
o
& e 1 DS-CDO5
77"
DS-CDO5 DS-CD06 DS-CDO8
Max Max Max
33%" 33%" 33%" F
"
o
1 9Ys 1% DS-PDO5
[E——
4% | 1
614" 1
77"
DS-PDO5 DS-PD06 DS-PDO8
Max
Delivered Max
Diameter Watt Beam Lumens CBCP Color Temp Finish
S 20 1670 7065
05 5 24W N 27 1575 4485
Ceiling Mount ~ DS-CD F 36 1450 3045
927 2700K (90CRI) _
s 17 2130 11725 27 2700K var %’fk
06 6 2w N 30 2715 5495 930 000K (90CR) g, e ST
F 42 2110 3500 30 3000K e Gronfe,r T
35  3500K raphite
Pendant Mount DS-PD S 14 4015 28660
08 & 54W N 28 4005 9390
F 40 4005 6490

Example: DS-CD08-S27-BZ

WAC LIGHTING
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LED STEP & WALL

~ Featured Product: WL-LED100-C-SS



Rectangular Step and Wall Lights LEDme®

LED100 LED200
Stainless Steel Finish Black Finish
3" -1 1/z(
5" 196"
T ( .
{ 115/ ; 11/ " ‘ 5 21"
Tl -© ° 3" 1%46" 2
1 11/8*7 | | ] ‘ ‘ ‘ J
R gyl
Power: 3.9 « Die-cast aluminum or 316 marine grade stainless steel (SS finish) + 120V or 277V direct wiring, no driver needed
Lumens: Upto68 « Fits into 2" X 4" J-Box with minimum inside dimensions of 3"x2"x2"  « No heat radiation
CRI: 85 - IP66, wet location rated for indoor and outdoor installations* » Smooth and continuous ELV dimming
Rated Life: 40,000 hours . 5 year WAC warranty (lifetime warranty for SS finish) - Replaceable LED module
*Finishes are not recommended for contact with chemicals or sustained contact with water.
Use Stainless Steel Step and Wall Lights for harsh environments.
System Color Finish
WL-LED100 Horizontal Scoop, 120V C White 3000K (CCT) SS Stainless Steel
WL-LED100F Horizontal Scoop, 277V AM . 610nm (Peak) BK Black
RD Red 640nm (Peak wr White
WL-LED200 Vertical Scoop, 120V € nm (Peak) BN Brushed Nickel
WL-LED200F Vertical Scoop, 277V BL Blue 450nm (Peak) BZ Bronze

Example: WL-LED100F-C-SS

Turtle Friendly

In coastal areas, bright step lights often attract

marine life such as baby sea turtles, leading i
them away from the ocean by making them ph
think it is the moon. Save the sea turtles by
using amber or red step lights. s
Spacing Recommendations for Optimal Light Distribution
Corridors / Hallways Stairs - Wall Mount Stairs - Step Mount
O
| B
O
36" 36" 0
Y
12"- 18"
| Mount in center of stair as close to the
upper tread as possible. For best results use
one light per step for steps narrower than 5 feet

For up to date product specifications and assistance please visit WAC LIGHTING.COM LED STEP & WALL 58



Rectangular Trimless Step and Wall Lights LEDme®

| EVERNLLEE!
| 5 J

| - :
t
e o Tk = ]
= | il e
-y —
LED100TR """"'-—-—: LED200TR |||||l'll'
—3" ~178"
000000000000
e |
= 5 A
- 3 1%"
1" l 1
S Ly %
Power: 33W « Damp location listed « No heat radiation
Lumens: Upto72 + May be painted to match the color of wall or treads » Smooth and continuous ELV dimming
CRI: 85 « 120V direct wiring, no driver needed + Replaceable LED module
Rated Life: 40,000 hours . Fits into 2" X 4" J-Box with minimum inside dimensions of 3"x2"x2" - 5 year WAC warranty
System Color Finish
WL-LED100TR Trimless Horizontal Scoop c White 3000K (CCT)
AM Amber 610nm (Peak) WT White
) . RD Red 640nm (Peak)
WL-LED200TR Trimless Vertical Scoop BL Blue 450nm (Peak)
Example: WL-LED100TR-AM-WT
Healthier living for aging eyes
Aging eyes take longer to adjust to changes in light environment and
momentary loss of vision is the number one cause of disabling falls.
Step lights increase visibility in trouble spots such as
entrances, stairwells, and hallways. -
Bright environments at night are also known to disrupt sleep patterns, S—
but amber or red wall lights can replace the need forjoverhead lighting.
-
Spacing Recommendations for Optimal Light Distribution
Corridors / Hallways Stairs - Wall Mount Stairs - Step Mount
5
]
H
36" 36" :
12"-18"
| Mount in center of stair as close to the
upper tread as possible. For best results use
one light per step for steps narrower than 5 feet

59 LED STEP & WALL For up to date product specifications and assistance please visit WAC LIGHTING.COM
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Round Step and Wall Lights LEDme®

LED300 LED310
Brushed Nickel Finish Bronze Finish
3 3
PT Yo" 19" 175"
Impm N LT
| i [T
A 39" NI
Power: 3.9W « Die-cast aluminum construction . No heat radiation
Lumens: Upto 115 « IP66, wet location rated for interior and exterior installations* - Smooth and continuous ELV dimming
CRI: 85 « Supplied with a junction box for custom recessed installation - Replaceable LED module
Rated Life: 40,000 hours + 120V direct wiring, no driver needed + 5 year WAC warranty

*Not recommended for contact with chemicals or sustained contact with water.

System Color Finish
WL-LED300 Scoop C White 3000K (CCT) WT White
AM Amber 610nm (Peak) .
BN Brushed Nickel
RD Red 640nm (Peak)
WL-LED310 Open BL Blue 450nm (Peak) BZ Bronze

Example: WL-LED300-C-BN

Wayfinding

e
LEDme® Step and Wall lights can color-code
pathways to indicate circulation directions
or the designation of a space.

Spacing Recommendations for Optimal Light Distribution

Corridors / Hallways Stairs - Wall Mount Stairs - Step Mount

Jf36"—1—36"—+
!

H
| L
m @ B Mount in center of stair as close to the
LADELY H:12°-18 LED300 H:12 upper tread as possible. For best results use
LED310 H: 6" LED310 H:6" one light per step for steps narrower than 5 feet

61 LED STEP & WALL For up to date product specifications and assistance please visit WAC LIGHTING.COM
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Consistent Peel and stick
1" on center spacing 3M construction

adhesive on back

Consult the factory to take advantage of our custom capabilities in large quantities.

UV stabilized silicon prevents discoloration

T
T

UL listed for damp location (indoor products) IP68 rated to be dust tight and submersible up to 5 feet.
UL listed for wet location (outdoor products)

WAC LIGHTING
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65 INVISILED® For up to date product specifications and assistance please visit WAC LIGHTING.COM

Pro2 InvisiLED®

u B invisiLED® Proli u B 24V AC/DC u B

ui WAC

Power: 4w/ ft « Brightest InvisiLED® system available
Lumens:  Upto330Im/ft - Designed for cove or task lighting
CRI: 90 « UL listed for damp location

LISTED

u 8

ActualSize

u B InvisiLED® Proll u g

» Maximum run length of 25 feet
« May be field cut every 6 inches at the end of a run
» Smooth and continuous ELV dimming

Rated Life: 80,000 hours + 5 year warranty

1
%" 6" 1'and 5' secti %"
’(8’* r and 5' sec |ons*]J BT D D D
2l 0 0
[ — T [ 3L
Tape Selections "L" Connector -
—
System Color Temp Length Qty Finish System Color Temp Finish
27 2700K 6IN 6inches 1 27 2700K
30 3000K 1 1 foot 1 . 30 3000K .
LED-TX24 35 3500€ 5 5 foet . WT  White LED-TX24 35 3500K 5L-WT White
45 4500K 1-40 1 foot 40 45 4500K
Example: LED-TX2435-6IN-WT Example: LED-TX2435-5L-WT
Each "L" connector consumes 2 watt
Class 2 Power Supply for Pro 2 (Required)
Type Model Power Dim Input Output
. EN-2460-RB2-T 60W 24VAC .
Remote _ EN-24100-RB2-T 26W Yes 120V AC 24V AC Includes a 6 foot lead wire
] - EN-2460-P-AR-T 60W 24VAC .
Plug-in t t EN-24100-P-AR-T 26W Yes 120V AC 24V AC Includes a 6 foot lead wire
&y .
) Order with LED-TC-B-2
Remote 277V -5 EN-24100-277-R 96W No 277VAC  24VDC o LEDTEXT 12
Accessories
Rigid Fa Includes mounting hardware LED-TC-IC2 2in
Aluminum LED-T-CH 5ft and diffuser lens == LED-TC-IC6 6in
. . . Use between
Channel Field cuttable Joiner Cable / LED-TC-IC12 72in tape sections
LED-TC-IC36 36in "
Lead Wire “‘\\ LED-TC-P-2 2ft Alterr?at/ve lengths fgr LED-TC-IC72 72in
}~ LED-TC-P-12 12 ft plug-in power supplies
"L" Connector “ LED-TC-L
Extension e Extends distance between a
LED-TC-EXT-144 12ft hard wired power supply or 3-Way “Y" e
Cable |~ " , LED-TC-Y
wiring box to a tape section Connector
Low Voltage . L: 1% in . R nyen
. [ "™ Neatly houses up to two wires | | 4-Way "X LED-TC-X
W!rlng Box / LED-TC-B-2 w: %_m with 2" female feed Connector
With Feed H:7s in
) ' e T cutend cap
Low Voltage L:1%in ) End cap ’ LED-TC-EC ; aleend cap
. _.—--#:E‘:’. LED-T-B W:% in Neatly houses up to two wires
Wiring Box L. . Mountin
H: 7 in o ”S N9 fn LED-T-CL 100ty
Wiring Box ) L:6% in Usewhen spanning alarge P
- . TB-S W:1% in gap inasystem layout without | | Retrofit - .
With Switch H: 1% in leaving exposed wiring Channel N LED-T-RC Join

u 8
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The Pro2 Advantage: Superior Brightness

InvisiLED® Pro2 features up to 330 lumens per foot of illumination. Two strips of Pro2 produce the same
amount of light as a T5 fluorescent lamp but may be concealed within smaller spaces and offer

greater application efficiency with 120° directional illumination. This enables the light to be visible
even amidst brightly lit spaces such as the shopping mall depicted above.

Featured Product: LED-TX2435-5-WT in cove lighting




Pro InvisiLED®

B B B InvisiteD® Pro B 24V AC/DC B WAC 8 24v AC/DC B InvisiLeD® Pro 8 24v AC/DC B o (ljus
- - - - - X - - X - LISTED
ActualSize
Power: 3w/ ft - Designed for bright cove or task lighting « Maximum run length of 33 feet
Lumens: Upto215im/ft « UL listed for damp location + May be field cut every 2 inches at the end of a run
CRI: 85 « 5 year warranty « Smooth and continuous ELV dimming

Rated Life: 50,000 hours

j’* h2,1 and 5 sectlonsﬂ

[~ 1" —]

f——

i g

oo O
[—T— I

" 146"
Tape Selections "L" Connector J
System Color Temp Length Qty Finish System Color Temp Finish
W 2700k AN - 2inches w 2700K
P 3000K 2IN-10 2inches 10 p 3000K
LED-T24 35 3500K ; ; ;Z:: ; WT  White LED-T24 35 3500K 3L-WT White
C 4500K 1-40 1 foot 40 C 4500K
Example: LED-T24W-1-40-WT Example: LED-T24W-3L-WT
Each "L" connector consumes 1.2 watt
Class 2 Power Supply for Pro (Required)
Type Model Power Dim Input Output
EN-2460-RB2-T 60W 24VAC .
Remote '_ EN-24100-RB2-T 96W Yes 120V AC 24V AC Includes a 6 foot lead wire
: =3 EN-2460-P-AR-T 60W 24V AC .
Plug-in ' l EN-24100-P-AR-T 96W Yes 120V AC 24V AC Includes a 6 foot lead wire
&y :
- Order with LED-TC-B-2
Remote 277V ) EN-24100-277-R 96W No 277VAC  24VDC o LEDTEXT 12
Accessories
Rigid Includes mounting hardware LED-TC-IC2 2 ’:”
Aluminum LED-T-CH 5ft and diffuser lens == LED-TC-IC6 6in
. . Use between
Channel Field cuttable Joiner Cable / LED-TC-IC12 712in tape sections
LED-TC-IC36 36in
. LED-TC-P-2 2ft Alternative lengths for LED-TC-IC72 72in
Lead Wire . .
LED-TC-P-12 12 ft plug-in power supplies
"L" Connector “ LED-TC-L
Extension e Extends distance between a
LED-TC-EXT-144 12ft hard wired power supply or 3-Way “Y" T
Cable |~ " . LED-TC-Y
wiring box to a tape section Connector
Low Voltage . L: 1% in Neatly housess up to two 4-Way "X"
Wiring Box / LED-TC-B-2 W:%in  wires Connector LED-TC-X
With Feed H:7% in  with 2" female feed
1 cutend cap
i End ca ' ’ LED-TC-EC
Low Voltage . LED-T-B ngz "M Neatly housess up to two P 1 male end cap
Wiring Box wu AN ires Mountin
H:7s in Clips 9 fn LED-T-CL 100ty
iri L:6% in Usewhen spanning alarge
Wiring Box ] . ;
- A TB-S W:1% in gap in asystem layout without | | Retrofit - .
With Switch H: 1% in leaving exposed wiring Channel N LED-T-RC Jeimn

67 INVISILED® For up to date product specifications and assistance please visit WAC LIGHTING.COM
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The Pro Experience: Customize Functionality

InvisiLED® Pro provides the most custom options from a bright task and cove lighting solution
delivering over 200 lumens per foot. Four color temperatures accentuate the color scheme of the space,
ranging from 2700K to bring out the warmth of wood stains to 4500k for clean and bright white spaces.
Customize illuminated run lengths within 2 inches of accuracy to perfectly match custom cabinets with
consistent 1 inch on-center spacing of diodes even through junctions of sections.

Featured Product: LED-T24W-5-WT as cove and undercabinet lighting




Classic 24V InvisiLED®

Featured Product: LED-T24-5-AM

Power: 2W/ft
Lumens: Upto115Im/ft
CRI: 85

Rated Life: 50,000 hours

« 5 colors: White, Amber, Blue, Green, Red
- Designed for accent lighting

« UL listed for damp location

« 5 year warranty

« Maximum run length 40 feet

ActualSize

+ May be field cut every 2 inches at the end of a run
+ Smooth and continuous ELV dimming

M/B.* h2,1 and 5 sectlonsﬂ | * ‘k 116 a‘
20 g 0w w
[BE—T— I 0
Tape Selections
System Length Qty Color Peak Wavelength
"L" Connector
SIN 2inches ; AM Amber 595nm Color
BL Blue 470nm
LED-T24 1 1 foot 1 GR G 530
5 5 feet 1 reen nm LED-T2430-3L-WT White 3000K
RD Red 625nm
2IN 2 inches 1
Each "L" .
2IN-10 2 inches 10 ac connector consumes 0.6 watt
LED-T2430 1 1 foot 1 WT White 3000K
1-40 1 foot 40
5 5 feet 1

Example: LED-T2430-1-40-WT

Class 2 Power Supply for Classic 24V (Required)

Type Model Power Dim Input Output
. EN-2460-RB2-T 60W 24VAC .
Remote _ EN-24100-RB2-T 96W Yes 120V AC 24V AC Includes a 6 foot lead wire
. =3 EN-2460-P-AR-T 60W 24V AC .
Plug-in ' ' EN-24100-P-AR-T 96W Yes 120V AC 24V AC Includes a 6 foot lead wire
&y P
) Order with LED-TC-B-2
Remote 277V "‘m.__:‘ EN-24100-277-R 96W No 277V AC 24V DC or LED-T-EXT-144
Accessories
Rigid Includes mounting hardware LED-TC-IC2  2in
Aluminum LED-T-CH 5ft and diffuser lens == LED-TC-IC6 6in
. ) . Use between
Channel Field cuttable Joiner Cable / LED-TC-IC12 712in tape sections
LED-TC-IC36 36in
) =, LED-TC-P-2 2ft Alternative lengths for LED-TC-IC72 72in
Lead Wire \_‘,,.r-"' LED-TC-P-12 12 ft plug-in power supplies
"L" Connector “ LED-TC-L
Extension e Extends distance between a
_# LED-TC-EXT-144 12ft hard wired power supply or 3-Way "Y" T
Cable ] .. . LED-TC-Y
wiring box to a tape section Connector
Low Voltage - L: 12 in ; 4-Way "X"
L [P .= Neatly houses up to two wires ay LED-TC-X
W!rlng Box ‘ﬂ LED-TC-B-2 w: %'m with 2" female feed Connector
With Feed H:7s in
) ' e T cutend cap
Low Voltage L: 1V in 4 End cap ' LED-TC-EC 1 male end cap
. i LED-T-B W:% in Neatly houses up to two wires
Wiring Box . . Mountin
I H: 7 in Clips 9 fn LED-T-CL  10Qty
Wiring Box : L:6% in Usewhen spanning alarge
With Switch TB-S W:1% f” gapina system laypyt without Retrofit N LED-T-RC 36in
H: 1% in leaving exposed wiring Channel

69 INVISILED® For up to date product specifications and assistance please visit WAC LIGHTING.COM
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The Classic Approach: Style Accents

InvisiLED® Classic 24V series offers a 3000K white light in addition to four rich colors to accent
any application. Highlight your space with unique accent and display lighting applications in
cabinets, around moldings, or under counters and steps. In this unique diminutive size,
InvisiLED® Classic allows you to light spaces never lit before to achieve the ultimate layered

/ lighting effect.

Featured Product: LED-T24-5-AM with LED-T-CH




Daylight to Sunset InvisiLep® | Palette InvisiLED®

ActualSize

5100K 595nm

Power: 1.5W/ft
Rated Life: 50,000 hours

Power: 1.5W/ft
Rated Life: 50,000 hours

+ Variable colors with 3500K White
+ DMX and wireless controller options for Palette system

« Color changing from cool white to amber

« DMX and wireless controller options for Daylight to Sunset system
« Maximum run length of 40 feet » Maximum run length of 40 feet
« May be field cut every 6 inches at the end of a run + May be field cut every 6 inches at the end of a run
« UL listed for damp location « UL listed for damp location

« Dim with wired / wireless controller « Dim with wired / wireless controller

- 5 year warranty 11 ' ' : - 5 year warranty 11 ' ' :
M/B.t h 1"and 5' sections ﬂ f‘t h 1"and 5' sections ﬂ |
18 g g ¢ w i o o ¢ w
[P ra— I P r— I
Tape Selections Tape Selections
System Length Qty System Length Qty
1 1foot 1 1 1foot 1
LED-TC 5 5 feet 1 WA LED-TC 5 5 feet 1 RGB
1-40 1foot 40 1-40 1foot 40
Example: LED-TC-5-WA Example: LED-TC-1-40-RGB
Class 2 Power Supply for Daylight to Sunset and Palette (Required)
Type Model Power Dim Input Output
Remote S EN-2460D-C
60W Yes 120V AC 24V DC 60W
Plug-in ﬂ‘ EN-2460D-C-P

Controller for Daylight to Sunset and Palette (Required)

4 function wired controller
with master and slave options

Allows brightness control, preset color selection,
or playing a rotation of color transitions with variable speed control

Wired ;:_"' LED-TC-CTR-MSD

controller t

Accessories

Wirel et el ol LED-TC-IC2 2in
ireless : ) unction wireless controller =~ LED-TC-IC6 6in
Controller LED-TO24-WS (Requires wired controller) Joiner Cable O/ LED-TC-IC12 12in Use betw'een
LED-TC-IC36 36in OP€°ections

Signal Wire 'Q LED-TC24-SW60 60in Links master and slave LED-TCIC72 72in

9 I LED-TC24-SW120 7120in controllers s “ LED-TC-L

Connector

Rigid @ Includes mounting hardware 3-Way "Y"
Aluminum LED-T-CH 5ft and diffuser lens Connector LED-TC-Y
Channel Field cuttable
Mounting “ 4-Way "X" -TC-
Clips r LED-T-CL 10Qty Connector LED-TCX
Retrofit N ) 1 cutend cap
oot LED-T-RC 36in End cap S ® o aleond eop

71 INVISILED® For up to date product specifications and assistance please visit WAC LIGHTING.COM




470nm 625nm i 595nm

Featured Product: LED-TC-5-RGB

Wireless controller (accessory for wired controller) Wired controller
LED-TO24-WS LED-TC-CTR-MSD

Brightne:
hit d Color changing speec DMX port

For up to date product specifications and assistance please visit WAC LIGHTING.COM




P ro O u td O O r | N \/| S | I_ E D® Minimal spacing of LEDs when joined together

ActualSize

Power: 3.5W /ft « IP-68 rated, UL listed for wet location

Lumens:  220Im/ft « Maximum run length of 28 ft

CRI: 85 « May be field cut every 6 inches at the end of a run
Rated Life: 80,000 hours « 5 year warranty

Featured Product: LED-T2435-5-WT

Double insulated silicon encasement and distinct electrical and mechanical junctions
make for a superior watertight custom length system

19" 1, 5"and 10' sections
‘—7 | 1/4"

Yay| - %" thick v2” (7l
3 ——— R
! T
Tape Selections
System Length Color Power consumption
1 1 foot
LED-TO2435 5 5 feet WT White 3500K 35W/ft
10 10 feet

Example: LED-TO2435-10-WT

Class 2 Power Supply for Pro Outdoor (Required)

Type Model Power Input Output

Remote '& EN-024100-RB2-T 96W 120V -277V AC 24V DC Includes a 6 foot lead wire

Accessories

Clear LED-TO24-CH5 ¢! , LED-T024-1C6  6in
Channel Includes mounting hardware _ LED-TO24-IC12  12in  Use between
Joiner Cable LED-TO24-1C72 72in tape sections

LED-TO24-1C120 720in

End cap LED-TO24-EC

Mounting # ~ B Secures on both edges 4 Way "X" - ~ R
Clip 1 LED-TO24-C1 (10Qty) Connector i LED-TO24-X
Mounting ~ B Secures on one edge
et 0 o022 o)
_ nyn 1

2::?1);c\t(or , = LED-TO24-Y
Mountlng Q LED-TO24-C3 Spring clip secures beneath tape
Clip3 (10Qty)
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The highest IP rating: IP68

Submersible up to 5 feet
Dust tight

WAC LIGHTING
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Palette Outdoor InvisiLED®

Minimal spacing of LEDs when joined together

1.5W/ft
Dimming: VYes
Rated Life: 80,000 hours

Power:

) ="
|

I‘i 1,5"and 10' sections
L

o

« IP-68 rated, UL listed for wet location
+ Variable colors with 3500K White
» DMX and wireless controller options
for Palette outdoor system
» Maximum run length of 40 feet
» May be field cut every 2 inches at the end of a run
« Dim with wired / wireless controller only

- 5 year warranty

78" thick

] 1%6"
%" /;1 ’m/m

jj@ a

Tape Selection

OHE,

ActualSize

Double insulated silicon encasement and distinct electrical and mechanical junctions
make for a superior watertight custom length system

Controller for Palette Outdoor (Both Required)

System Length Type Master o
1 1 foot Controller = * = LED-TO24-CM 4 function wired controller
LED-TCO 5 5 feet RGB
10 10 feet i
\é\g:\etlreoslier LED-TO24-WS 4 function wireless controller

Example: LED-TCO-5-RGB

Class 2 Power Supply for Palette Outdoor (Required)

Type Model Power Input Output

Remote "Q EN-024100-RB2-T 96W 120V -277V AC 24V DC Includes a 6 foot lead wire
Accessories

Slave Connects to Master

Controller g LED-TO24-CS Controller, LED-T024-1C6 6in | Extends distance

adding 40 ft run Joiner Cable LED-TO24-1C12 12in | between
Signal Wir ,O LED-TO24-SW60  Master to Slave, 60 in LED-TO24-1C72 72in transformers
gnatitire LED-TO24-SW120 Master to Slave, 120 n LED-T024-1C120 120in | and controllers

DMX ,O LED-TO24-MW60 DMX to Master, 60 in

Signal Wire LED-T024-MW120 DMX to Master, 120 in

LED-TO24-1C6-RGB 6in
End cap ® eotozec RGBJoiner ) . LED-TO24-1C12-RGB 1211
Clear Cable LED-TO24-1C72-RGB  72in
LED-TO24-CH5 5 feet LED-TO24-1C120-RGB 720in

Channel

M . S both ed Extends distance
Cliop”:‘t'”g O Lep-T024-C1 (fguo’f;)"” oth edages between

4 Way °X -7 LED-TO24-X-RGB tape(s) and
M i S d Connector =TT controllers
ounting B ) ecures on one edge
Clip2 ' l LED-TO24-C2 (10 Qty)
. . . 3-Way "Y" 1
Mounting ﬁ i } Spring clip secures - LED-TO24-Y-RGB
Clip3 LED-TO24-C3 beneath tape (10 Qty) Connector

75 INVISILED® For up to date product specifications and assistance please visit WAC LIGHTING.COM
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The Chameleon Effect

InvisiLED® Palette Outdoor offers all the benefits of our Palette and Outdoor Pro series
combined into one system designed to allow you to change the ambiance and color scheme
of your exterior space at the touch of a button. Versatile enough to suit residential needs

for home accent illumination with holiday flair as well as large commercial venues

for various event functions that require a DMX link to professional control systems.

Featured Product: LED-TCO-5-RGB with LED-TO24-CH5




TASK and COVE

ke advantage of our custom capabilities in large quantities.




LINE™ LED Edge Lit Task Luminaires

%" First of its kind, LINE™ edge-lit LED task luminaire adapts
advanced technology for glare-free illumination in 2700K
and 3000K color temperatures. Patent Pending.

Professional, asymmetrical forward throw illumination
for full coverage of the task plane.

Up to 50 footcandles

Shown 2700K color temperature

LINE™ delivers optimal glare-free quality
of light, free from multiple shadows or hot
spots reflected back from countertops,

all from a half-inch deep luminaire

TASK & COVE | LINE™

—

_ ——

78




LINE™ LED Edge Lit Task Luminaire |

—— blr'—
Perfect for highly reflective surfaces such as stainless steel and polished stone, B

LINE " produces an evenly diffuse light with asymmetrical distribution p.296 Line vanities T e
at 30° to cover a task plane.

B Magnetized design for easy installation and maintenance ~ --+«.o-evveeinnnine =
= X
"""""" Fingertip High/Low settings for localized brightness control | e @
profile view
Color Temp: 2700K, 3000K
CRI: 90
Dimming: 100% - 10% smooth and continuous ELV dimming for 120V only ' ‘
100%/50% high/low settings on board 4"””_%?
Rated Life: 80,000 hours ENERGY STAR
Patent Pending

Line Luminaires (Power supplies sold separately)

Max Max Fixture Run
Model  Length ColorTemp  Finish Watt Lumens 60W %6 W
06 o W 180 8 13
12 72 125W 415 4 7 o 6" to 30" I
. 27 2700K Brushed 1 °
LN-LED 18 78 30 3000K AL Aluminum 9w 595 3 5
24 24" 23W 850 2 4 4T¥"
30 30" 26W 950 2 3 1
= A"
Example: LN-LED18-27-AL
"' connector included with each luminaire
Class 2 Power Supply for LINE™ (Required)
Type Model Output Input Dim Dimensions
s EN-2460-RB2-S 60W (24V)
s " " "
Remote : EN-24100-RB2-S 961/ (24V) v e ORI T
o
Remote 277V* -5 EN-24100-277-R 96W (24V) 277V No 7" X 2% X 194"
EN-2460-P-AR-S 60W (24V) 2%" X 198" x 1%"
Plug-in EN-24100-P-AR-S 961/ (24V) o “ #H X2 X 1%

* Requires a SL-EXT-144 extension cable (order separately)

79 TASK & COVE | LINE™ For up to date product specifications and assistance please visit WAC LIGHTING.COM



LINE™ Accessories

Connection Accessories

"I" Connector

Joiner Cables

Custom Cable
Extenders

4-way "X" Connector

3-way "Y" Connector

Power Supply Accessories

Wiring Box with
On/Off Switch option

Multiple Terminal
Block ]

12' Extension Cable

Wire Clip (10 Pack)

WAC LIGHTING

SL-1

SL-IC-06
SL-IC-12
SL-IC-24
SL-IC-36

SL-IF

SL-X

SL-Y

TB-S

MTB-08

SL-EXT-144

SL-WC-1

SK & COVE | LINE™ 80




Straight Edge® LED Strip Light for Task and Cove

Color Temp:

CRI:
Dimming:
Rated Life

2700K, 4500K

85

100% - 1% smooth and continuous ELV dimming for 120V only
70,000 hours

Adjustable angle mounting clip allows fixture to be easily aimed
while securely mounted for optimal lighting performance and
flexibility. SL-C3-WT (order separately)

« Each section includes two flat mounting clips, two 45° angle mounting clips and one "I"' connector
« Extruded aluminum with spread diffuser lens
Color Max Max Fixture Run
Model  Length Temp Finish Watt Lumens 60W 96W
08 7 26/ 130 |[23 |38 |
14 3" 4.8W 245 ‘ 12 20 ‘ I I L/@ \1 "
I 1 ¥
ts-.ep 20 out W wr o wpie sow 32 s 13| -
C 4500 ol L%“» —7"—|
26 %" 9.6W 484 6 10
2 ‘ ‘ 7%" to 31%"
32 37 1ow 617 ||5 '
Example: LS-LEDO8-C-WT
Class 2 Power Supply for Straight Edge® (Required)
Type Model Output Input Dim Dimensions
== EN-2460-RB2-S 60W (24V) e
Remote e EN-24100-RB2-S 96W (24V) 12V e ORI
L ——,
Remote 277V* EH-\"‘-\-\_D EN-24100-277-R 96W (24V) 277V No 778" X 234" x 138"
EN-2460-P-AR-S 60W (24V) 2%4" X 198" X 134"
Plug-in EN-24100-P-AR-S 961/ (24V) 120 e 45 % 2" X 15"

* Requires a SL-EXT-144 extension cable (order separately)

81 TASK & COVE | Straight Edge® For up to date product specifications and assistance please visit WAC LIGHTING.COM




Straight Edge® Accessories

Connection Accessories

"I" Connector SL-1 D" X 7" For end-to-end connection of Straight Edge® sections.
[ . SL-1C-06 6”
) - SL-IC-12 12" . . .
Joiner Cables | SL-IC-24 247 Connects two sections of Straight Edge®.
SL-IC-36 36"
‘”:i-l'_., Two female ends.
Custom Cable Extenders o Qé"d SL-IF 0% x 3% Connects two joiner cables to create custom lengths.
b 3}
un . Wires: 4" each "X" connector has four male connectors and can
4-way "X" Connector .. SL-X o . . .
- S Connectors: 1¥%8"each  be used to easily customize your design layout.
"~
) B "Y" connector has three male connectors and can
3-way "Y" Connector SL-Y Wires: 4" each be used to easily customize your design layout.
Y ! Connectors: 1%"each 4 y gnlayout
Mounting Accessories
Flat Mounting Clip s Metal clip used to mount Straight Edge®
(2 pack) sL-cr-wr 1"x " 1% sections flat to a surface.
45° Angle Mounting Clip —— W Metal clip used to mount Straight Edge®
(2 pack) SL-c2-wrt "X 1"x 1% sections in corners. Set at 45°.
Adjustable Angle . . o .
Mounting Clip o SL-C3-WT S 54" X 13" Metal'chp used to mount Straight Edge® sections
at variable angles.
(2 pack)
One magnetic side and one peel and stick side for
Magnetic Tape MAG-TAPE-36 36"Xx3%" mounting Straight Edge® sections to a metal surface.
Easily cut in field.
Power Supply Accessories
- . o Use when spanning a large gap in a system layout
Wiring Box with TB-S 614" X 1548” % 114" without leaving exposed wiring (i.e. lighting kitchen

On/Off Switch option

cabinets on both sides of a sink or window).

Multiple Terminal
Block | I

MTB-08 8outputs

478" x 198" X 34"

Easily wire multiple output connections for a
neat installation without the use of open splices.
One power supply input and either 6 or 8 outputs.
5A capacity. Three mounting screws included.

12' Extension Cable

SL-EXT-144

Wire: 144"
Connector: 1%"

Use to extend the distance between power supply
or wiring box (TB-S) to a Straight Edge® section.

Wire Clip (10 Pack)

SL-WC-1

o' 3"

Use to tack power cords or joiner cables
neatly to a surface.

WAC LIGHTING
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Light Bars LEDme®

Color Temp: 2700K, 3000K

CRI: 85

Dimming: 100% — 10% smooth and continuous ELV dimming
Rated Life: 70,000 hours

Minimal space between diffusers for a virtually seamless line of illumination

On center spacing of LED's is maintained when joined together
for visual continuity

« Integral drivers

« 1inch Profile

« Extruded aluminum construction for optimal thermal management
« Multiple knock outs per fixture for ease of wiring

Shown:
Two BA-LED4-WT
connected

ColorTemp Model Length Finish Watt Lumens
2-27 8" 3.6W 150 *
427 12" BB Bronze 6.2W 285 1] @) O H
2700K BA-LED  6-27 18" SN Satin Nickel 9.7W 465 * -
8-27 24" WT  White 12.7W 584 o
10-27 30" 15.5W 694 ) ° E o
2 8" 3.6W 130 2%"
4 12 BB Bronze 62w 255 1
3000K BA-LED 6 18" | SN Satin Nickel 9.7W 400 -— g3 —————=
8 24" WT  White 12.7W 505 ‘ ‘
10 30" 15.5W 655

Example: BA-LED4-27-WT

« May be hard-wired with 120V power or used with a plug-in power cord

« Subsequent fixtures may be powered with an

+ May be individually switched and/or wired to a wall box switch/dimmer

Connector or Interconnect Cable carrying 120V

Power Cord "I' Connector Interconnect Cable
Model Length Model Model Length
BA-PC6 WT White 6 BA-I-WT BA-IC12 WT White 72”
BK  Black Interconnection for seamless end to end BA-1C24 BK Black 24
Supplies power in any application. transitions. Each light bar includes one. BA-IC36 36"

Links two light bars using a single power connection.
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Built in high/low setting

Premium Xenon Light Bars LineVoltage

Power: 20W per light - Steel construction
Dimming: 100% — 5% » Smooth and continuous dimming with standard incandescent dimmers

; - Frosted borosilicate glass lenses for true white light transmission
Rated Life: 10,000 hours « Multiple knock outs per fixture for ease of wiring

Individual
reflectors
for optical
efficiency
Model Length # of Lights  Finish Watt
1 6" 1 20W L
e [ ]
2 12" 2 40W T
BB Bronze
BA-LIX 3 18" 3 SN Satin Nickel 60W o \
WT White ‘ |
4 29 4 80w 3%" ‘ ‘ ‘ ‘ ‘ ‘ \‘
6 36" 6 120W L ‘ ‘

6"to 36" 47

Example: BA-LIX-1-WT ‘
Lamp: 120V 20W, Xenon Bi-pin included

» May be hard-wired with 120V power or used with a plug-in power cord
- Subsequent fixtures may be powered with an "I Connector or Interconnect Cable carrying 120V

» May be individually switched and/or wired to a wall box switch/dimmer

S

=

Power Cord "I" Connector Interconnect Cable
Model Length Model Model Length
WT Whit -1- - 127
BA-PC6 e e ‘ BAI-WT BAICI2  \r  hite ,
BK Black Interconnection for seamless end to end BA-1C24 BK Black 24
Supplies power in any application. transitions. Each light bar includes one. BA-IC36 36”

Links two light bars using a single power connection.

WAC LIGHTING TASK & COVE | Light Bars 84




LED87 LED87S
Recessed or Surface Mount with 24V transformer
Power: 24V, 4.8W CRI: 85
Lumens: 180 (round), 155 (square) Dimming: 100% - 10% smooth and continuous ELV dimming
Compares To: 20W Xenon Bi-pin Rated Life: 70,000 hours
Color Temp: 2700K, 3000K Cutout: 28" for round recessed applications
%u J— ‘_7 204" ‘
BK BN CB DB WT \
/ \ l
" 1" =
~—1 1/
Model Colortemp  Finish L /2
HR-LED87-27 Round BK Hlack
i i oun 2700K BN Brushed Nickel Surface Mount Recessed Mount
HR-LED87S-27 Square
CcB Copper Bronze |
CH  Chrome L" - - * .
3000K DB Dark Bronze —
HR-LED87S Square -—u— ! —au— !
WT White
Example: HR-LED87S-WT Same cutout for recessed applications,
Includes 6 foot lead wire round or square
Class 2 Electronic Transformers (Required)
Single transformer powers 20 button lights
« TW minimum load
Type Model Input Output Power UpTo Dimensions @ @ @ @
EN-2460-RB2 24VAC/60W 12X LED87  6¥-"x 1%6”" x 14"
Remote 120V [ (&2 [ transformer
EN-24100-RB2 24VAC/96W 20X LED87  6V2"x 1" x 114"
. 24V AC 120V
up to 20 lights ;
Plug-In  EN-2460-P-AR 120V 24VAC/60W 12X LED87 234" x 15" x 134" p 9 output input
Multiple terminal box MTB-01
Minimizes wiring back to transformer
Includes 6' cord and 5 SL-WC-1 clips.
Frosted Lens Accessory Retrofit Housing Model # Finish
BK  Black
q Model # i i
Softens light and Use to replace HR-88 and HR-86 BN  Brushed Nickel .
reduces glare for using existing wiring and cutout, HR-LED-COV CB  Copper Bronze Q{i“
square or round LENS-13-FR LEDme® Button light not included. CH  Chrome F— 25!
DB  Dark Bronze
WT White

85 TASK & COVE| Button Lights
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Designed for recessed or surface mounted installations, versatile LEDme® Button Lights deliver
strong light output with the latest energy efficient LED technology. These fixtures offer a long
lasting 70,000 hour life, minimizing re-lamping needs and saving energy. Thermally efficient
LEDme® Button Lights with minimal projected heat or UV radiation and are ideal for illuminating

sensitive perishables, apparel, artwork and collectibles.

WAC LIGHTING
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Shown: HR-LED87S-BK recessed mounted
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Xenon HR-86

Shown as surface mounted

Copper Bronze finish

Button Lights Low Voltage

Recessed or Surface Mount

Lamping: 12V 20W Xenon/Halogen Bi-Pin included
Power: 12V/24V 20W max
BK CcB CH

WT

£

Halogen HR-88
Shown as recessed mounted
White finish

Cutout: 2 %" for recessed applications

Lamp Model Finish ~ 2%" —™
BK Black Surface Mount Recessed Mount
BN Brushed Nickel o

Xenon Bi-Pin HR-86 CB Copper Bronze 1 P2

Halogen Bi-Pin HR-88 CH Chrome L T Dw
DB Dark Bronze A —— I
WT White

Example: HR-86-CB

Includes 6 foot lead wire

Low Voltage Transformer (Required)

Class 2 Enclosed Electronic Transformers

« Enclosed Class 2 transformers have
multiple outputs in 60W increments

« TW minimum load

Model Input  Output Dimensions
EN-1260-RB2 12V, 1xX60W 62" x 19" x 14"
EN-12120-RB2* 12V,2x60W 6" x 3%" x 2%"
EN-12180-RB2* 12V,3x60W 634" x 3%” x 2%"
EN-12300-RB2* °7  Lysicow 81 x a5 x 0%
EN-2460-RB2 24VAC/60W  6%2" x 198" x 114"
EN-24100-RB2 24VAC/96W 62" x 196" x 14"
Multiple terminal box MTB-01

*Includes LED indicator lights and integral push in terminals

Frosted Lens Accessory

Softens light and reduce glare

Model #

‘ LENS-45-FR-N

—17%"-

UL Listed Class 2 Plug-In Electronic Transformers

« Plug-in power supply with on/off toggle switch

and 6’ detachable cord
« TW minimum load “

Model Finish Input Output Dimensions

i b BK  Black 3 57 34
EN-1260-P-AR WT White 120V 12V, 60W 2%" x 1%" x 1%
EN-2460-P-AR 120V 24VAC/60W 234" x 1%" x 134"

Multiple terminal box MTB-01

87 TASK & COVE| Button Lights For up to date product specifications and assistance please visit WAC LIGHTING.COM



Miniature Recessed Low Voltage

Eyeball
HR-1135
Copper Bronze finish

Model Finish 2%
BK Black o
HR-1135 cB Copper Bronze 2%
wWT White
Example: HR-1135-CB Yo'l
Lamp: 12V, 35W max, MR11, order separately 3%
Includes 36 inch lead wire
Gimbal Ring
HR-1137 =
Brushed Nickel finish
Model Finish o
BK Black
BN Brushed Nickel 2341
HR-1137 CB Copper Bronze /\l
CH Chrome Yo'
wWT White S

Example: HR-1137-BK
Lamp: 12V, 20W max, MR11, order separately
Includes 36 inch lead wire

Low Voltage Transformer (Required)

Class 2 Enclosed Electronic Transformers

« Enclosed Class 2 transformers have
multiple outputs in 60W increments
+ TW minimum load

Model Input  Output Dimensions
EN-1260-RB2 12V, 1x60W 62" x 19" x 114"
EN-12120-RB2* 12V,2x60W 6" x 3%" x 2%"
EN-12180-RB2* 12V,3x60W  6%” x 3%" x 2%"
EN-12300-RB2* 12V,5x60W  8Y2" x 4%" x 298"
Multiple terminal box MTB-01

*Includes LED indicator lights and integral push in terminals

120V

WAC LIGHTING

Spot
HR-1136
Brushed Nickel finish

Model Finish
BK Black
BN Brushed Nickel 234"
HR-1136 CB  CopperBronze f
CH Chrome 56"l
WT White
Example: HR-1136-BN
Lamp: 12V, 20W max, MR11, order separately
Includes 36 inch lead wire

—2%"—

—y—

Glass Dome
HR-1138 — o
White finish

Model Finish 17"

HR-1138 wT White \ 13
Example: HR-1138-WT M
Lamp: 12V, 20W max, JC-20, included 7"
Includes 36 inch lead wire

25—

UL Listed Class 2 Plug-In Electronic Transformers

=

« Plug-in power supply with on/off
toggle switch and 6’ detachable cord
« TW minimum load

Model Finish Input Output Dimensions
EN-1260-P-AR DK Fack opy 12V e i i
WT White 60W N ¢ N

MTB-01

‘ Multiple terminal box

K & COVE | Miniature Recessed 88




hown four MO-LED17F-27-WT




-

-

"/J

Reflex LEDme® Monopoint

Power:
Lumens:
CBCP:

17w
Upto 1125
Upto 3780

Comparable: 20WHID

Professional performance for best-selling LED luminaire design.

Comparable to 20W HID

.

Energy Star® Rated
Alternate beam angles may be ordered separately
Smooth and continuous ELV dimming

CRI: 8 « ANSI Compliant warm/neutral LED bins for a finer
Dimming: 100% - 10% color consistency
Rated Life: 100,000 hours « Accepts one lens/accessory
« Die-cast aluminum construction
Model Beam Color Temp Finish
27 2700K
S 20° 30 3000K BK Black
MO-LEDI7 £ oo 35 3500k WT White
40 4000K 57"

Example: MO-LED17S-27-WT

Accessories

Replacement Modules

Lenses and Accessories

| 2700K
| 3000K
| 3500K
| 4000K

RM-7X3-27
RM-7X3-30
RM-7X3-35
RM-7X3-40

Color Lens

AMB  Amber
BLU Blue
GRN Green
RED Red
LENS-20 [ED17 YEL Yellow
FR Frost
SPR Spread Lens
BEL Beam Elongating

WAC LIGHTING
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Tool-free lens assembly for easy change of beam angle

ARGOS LEDme® Monopoint

Power: 250 LED luminaire with minimal size form factor
Lumens: Up to 1525 Outperforms a 39W HID ot i
CBCP: Up to 5868 « Energy Star® rated Y S
Comparable:  39WHID + Smooth and continuous ELV dimming 6 1
CRI: 85 + Free of projected heat and UV radiation
Dimming: 100% — 10% « Die-cast aluminum construction Lm/W
Rated Life: 100,000 hours « Tool-free lens assembly for easy in field change of beam angle
+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
+ 360° horizontal and 90° vertical hot aiming
« Accepts one lens
- an -
Model Beam ColorTemp Finish
27 2700K
woseoas $ 130 0 i
40 4000K T \ \
D et
Example: MO-LED255-30-BK 1 % i

‘« 4%6" 4—‘

Interchangeable TIR assembly Replaceable LED Modules Lens
BK  Black 2700K  RM-10X3-27 LENS-1X3-FR Frosted
20° OPH-10X3-20D PT  Platinum 3000K  RM-10X3-30 LENS-1X3-DIC-AMB Amber dichroic
42° OPH-10X3-42D | | 3500K  RM-10X3-35 LENS-1X3-DIC-BLU Blue dichroic
4000k RM-10X3-40 LENS-1X3-DIC-GRN Green dichroic
LENS-1X3-DIC-RED Red dichroic
LENS-1X3-DIC-YEL Yellow dichroic

91 LED | Spot Lights For up to date product specifications and assistance please visit WAC LIGHTING.COM



Compatible with
Framing Projector accessory.
Sold separately

Impulse LEDme® Monopoint

Power: 14W Clean profile design in 2 finishes.
Lumens: Up to 951 Comparable to 75W MR16 68
CBCP: Up to 4481 + Meets 2013 California Title 24 Efficiency Lm/W
Comparable:  75WMR16 + Smooth and continuous ELV dimming
CRI: Up to 90 « Free of projected heat and UV radiation
Dimming: 100% — 10% + ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
Rated Life: 60,000 hours + 360° horizontal rotation and 180° vertical aiming
Model Beam Color Temp Finish
927 2700K (90 CRI)
27  2700K
S 20° | 9W  3000K(90CRI) | BK Black
MO-LEDB10 £ o ww 3000k WT White
35  3500K
CW  4000K

Example: MO-LED810S-WW-WT

Interchangeable Beam Reflectors Framing Projector

20° RF-S

0 RF-F Model Finish
Replaceable LED Modules 008FP BK Bla;k
2700K(90CR)  BXRC-27G1000 WT_ White
2700K BXRC-27E1000 Example: 008FP-BK
3000K (90 CRI)  BXRC-30G1000

3000K BXRC-30E1000

3500K BXRC-35E1000

4000K BXRC-40E1000

without Framing Projector  with Framing Projector

WAC LIGHTING



Low Voltage LED MR16 Display Spot Lights

+ Integral Electronic transformer + Can be wall or ceiling mounted
+ Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max
+ LED MR16 included when ordered as LED

+ 1 watt minimum load

« Available extensions from 6 to 48 inches

- Clear lens included (see below for alternate lens options)

Extension
Model Lamp (optional) Finish
=—4%"— X6 6"
] M2 BK Black
ME-007LED LD X18 18 .
. BN Brushed Nickel
ME-007 Halogen X24 24 .
615" § X36 36" WT White
\ X48 48’
- A
214" Example: ME-007LED-BK or ME-007LED-X6-BK (with 6” extension)

Framing Projector Accessory

Model Finish
BK Black
ME-007 0osFP WT  White
i
” Extension
— | 4% | Model Lamp (optional)  Finish
-
L] X6 6
- X12 12
b, ME-808LED (D X18 18 BK  Black
ME-808 Halogen X24 247 \WT  White
&, X36 36
P X48 48
{' % g Example: ME-808LED-WT or ME-808LED-X12-WT (with 12" extension)
\“:—.
ME-808

= 4r"— Extension
Model Lamp (optional)  Finish
X6 ¢
X12 12
5%" =
S Qs \ ME-826LED (D X18 18’ :: gﬁ’;ﬁe Nkl
< N o
l AN 4"/ ME-826 Halogen ;;2 :ﬂ WT White
N \/ ﬂ
X48 48
Example: ME-826LED-BN or ME-826LED-X36-BN (with 36" extension)
ME-826
Lenses LED
AMB Amber UV Filter Lens LENS-16-UVF Power: W ColorTemp:  3000K
BLU Blue Frosted Lens LENS-16-FR . .
Colorlens ~ LENS-16 | GRN  Green | |SpreadLens LENS-16-SPR Lumens: 450 CRI: 85
RED  Red Beam Elongating ~ LENS-16-BEL CBCP: 833 Dimming: Yes
YEL  Yellow Honeycomb Louver ~LENS-16-HCL Comparable: 35WMR16  Rated Life: 25,000 hours
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Low Voltage LED MR16 Flexible Spot Lights

+ Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max « Integral Electronic transformer (ME-204)

« LED MR16 included when ordered as LED
- 1 watt minimum load

+ Can be wall or ceiling mounted

o
- 4" Model

+ Mesh solid bulb shield ordered separately

Lamp Transformer Finish
ME-204LED (D Integral Electronic BK Black .
BN Brushed Nickel
p ME-204 Halogen Transformer .
24" max WT White

= A

V53 Fee
‘uO

ME-204

Shown with optional bulb shield accessory

Example: ME-204LED-WT

Mounts to standard junction box

—f
MM-204LED (D Remote Transformer BK Black .
MM-204 Halogen (order separately) BN Brushed Nickel
g Paraiey Wt white
24" max
T Example: MM-204LED-BK
2

29"~

MM-204

Shown with optional bulb shield accessory

Remote Transformers (Required )

Enclosed Electronic

Model Lamp Transformer Finish

Install in walls, ceilings, or furniture wherever accessible from both sides
up to thickness of 1inch

OR Magnetic

Model Output Dimensions Model Output Dimensions
EN-2460-RB2 24V, 1-60W (class 2)  L:6%2"  W: 19" H: 194" SRT-300M-12V 12V,300W - 10%" W-4%" H:4%" ‘
. N ; P 15T e 1140
EN-24100-RB2 24V, 1-96W (class2) L:6%2" W:1%" H: 1% SRT-600M-12V 1V.600W L 119" Wes" H-5)" ‘
EN-1260-RB2 12V, 1-60W (class 2)  L:6%8" W:1%" H:1%"
EN-1275-RB-AR 12V, 1-75W L:6%" W:1%" H: 18"
EN-12100-RB-AR 12V, 1-100W L:6%"  W:3"  H:1%"
EN-12150-RB-AR 12V, 1-150W L:6%"  W:3"  H:1%"
Bulb Shield Accessory LED
Model Finish P 8w Color T 3000K
_ BK Black ower: olor Temp:
MBS-16 Mesh Shield . Lumens: 450 CRI: 85
SBS-16  SolidShield | BN, Brushed Nickel ' '
WT White CBCP: 833 Dimming: Yes
Mesh Solid Example: MBS-16-BN Comparable: 35WMR16  Rated Life: 25,000 hours

WAC LIGHTING
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Flexible neck

Vents provide thermal
management for extended LED life

Display Spot Light LEDme®

Power: 3w

Lumens: Upto110
Color Temp: 3000K, 4500K
CRI: 85

Rated Life: 100,000 hours

+ Die-cast aluminum construction

+ Threaded rod allows for mounting in varying applications

« Adjustable from 4 to 16% inches, may be cut in field for custom lengths
+ Includes 6 ft of lead wire

LEDme® Driver (Required)

« Reliable constant current LED power supply
« Surge protection
« Short circuit protection

- Powers up to 4 LEDme® Display Spot Lights

Model Power L W H
LED-700MA12-P 12/ 5" 3" %

=

1%"
Up to 16%"
134"
Model ColorTemp Beam  Finish
BK Black
WW 3000K |F 25° .
LED-SL-101 NW 2500k W 40° BN Brushed Nickel
CH Chrome

Example: LED-SL-101-WW-F-CH

Accessory

Interchangeable Lens

Model Beam
F 25°
SL-LEN W0

Replacement Modules

3000K RM1X3-30-SL

4500K RM1X3-45-SL
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Shown two LED-SL-101-WW-F-BN

‘r
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Shown with MR16 LED Lamp
Order separately

Low Voltage Clamp Mount Spot Lights

Lamping: Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max
« Includes 2" clamp and 10’ cord with plug-in transformer

« TW minimum load
Model Type Finish

DL-007 Telescoping neck BK Black

273"

Example: DL-007-BK

e N
4%" 2W" Framing Projector (optional)

Model Finish
008FP-BK Black

Model Type Finish
BK Black
DL-214 Gooseneck WT White

Example: DL-214-WT
Bulb Shield Accessory

f Model Finish
“de MBS-16  Mesh Shield  BK Black

SBS-16  Solidshield | BN, BrushedNickel

Mesh Solid WT_ White
Example: MBS-16-BN
LED MR16 Accessory
. Alternative Clamps _ —
Model Finish Model Finish Description
MR16LED-BAB SVKT ‘ ; DLC-P PipeClamp | Bk plack For pipes V2" to 2)2"
T ‘DLC-4 4" Clamp WT White ror flat surfaces from 2” to 4” wide

L Example: DLC-4-WT
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Shown with BR30 LED lamp
Order separately

Line Voltage Clamp Mount Spot Lights

- Telescoping adjustment from 22" to 32"

« Sliding adjustable socket to accommodate lamp positioning for DL-188

+ Includes 2" clamp and 10’ cord with plug

Model Type Lamp (order separately) Finish
/ LED PAR20/LED PAR30
'y, 227.32" LED BR20/LED BR30/LED BR40
. BK Black
DL-188 Telescoping neck WT White
N 120V, 150W max
4% / y BR30/PAR20/PAR30/PAR38
Example: DL-188-WT
A Model Type Lamp (order separately) Finish
22"-32"
_ Telescoping Cen BK Black
DL-150 Wash Light 120V, 150W max, J-150-S WT White
31/N /5

LED Lamps for DL-188
Model Type Finish

PAR20LED-10N30  PAR20 BK
PAR30LED-L14N30  PAR30 WT
PAR38LED-17N30  PAR38
BR20LED-7N27 BR20
BR3OLED-11N27 BR30 wT
BR4OLED-15N27 BR40

WAC LIGHTING

Example: DL-150-BK

Accessory
Alternative Clamps Model

Finish Description

DLC-P PipeClamp | gk Black Forpipes ¥2"to 25"

DLC-4 4”Clamp

WT White for flgt surfaces from 2” to 4” wide ‘

T
-

Example: DLC-4-WT
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The cornerstone to our brand, WAC Lighting track systems have provided high
performing technical lighting systems to the arketplace for decades. 5 standard track
systems are offered in the product line, ranging from the museum-quality W track for
upscale retail specifications to our standard commercial-grade H, L, and J track systems
complete with a full assortment of LED luminaires assembled locally for custom CCT
and light distribution options.

__:.*..‘. Track Luminaires are offered to perform in most interior applications ranging from

| spot lighting in high-ceiling retail and commercial spaces to diminutive residential

mlwﬂ | w _-:ij‘si:- accent lighting. Available in luminous flux options ranging from around 500 lumens
' ——l comparable to 35W MR16 lamps, to over 3000 lumens comparable to a 70W HID or

200W Halogen.

jhi
g
i

Dozens of dedicated LED designs are offered in different distinctive looks to
complement various interiors.

W Track Systems

PALOMA 105-106
LGOS 107-108
ARGOS 109-110
REFLEX PRO 1M
EXTERMINATOR 112
WALL WASHER 113
VAMP 114
H/L/J/J2 Track Systems

LOGOS 121
ARGOS - 122
REFLEX 123-124
EXTERMINATOR 127
WALL WASHER @ 125
WASH LIGHT 126
IMPULSE 129
CARTIER 131
GALILEO 130
LOW VOLTAGE 133-139
LINE VOLTAGE 140-148

Consult the factory to take advantage of our custom capabilities in large quantities.

Track 100




W TRACK SYSTEM

Architectural 4-wire two-circuit track with recessed, trimless installations with recessed drivers for a minimal look,
as well as surface-mount, or stem and cable suspension options. Available in 120V and 277V.

277V 120V

Surface Mount / Suspended
Two Circuit Architectural Track

Heavy duty aluminum rigid track designed for suspension up to
8 feet or recessed installation

Flangeless Flanged
120V / 277V
Recessed
Two Circuit Architectural Track

Surface Two Circuit Architectural Track Recessed Two Circuit Architectural Track
Description: Heavy duty architectural grade track with Description: Recessed architectural grade track with

two independently controllable circuits two independently controllable circuits

and stem or cable suspensions with flangeless option
Power per Circuit: 1920W max (120V), 4432W max (277V) Power per Circuit: 1920W max (120V), 4432W max (277V)
Operating Current: Each circuit is rated 20A (2 x 20A = 40A max) Operating Current:  Each circuit is rated 20A (2 x 20A = 40A max)

- Clean recessed architectural look in a flanged or flangeless installation
Surface Stem or cable
suspension Flanged Flangeless installs
flush to ceiling
— 1% — — 3 —
Ground — ) Ground Ground
1 %6" 1 %e"
Cireuit 1 Cireuit2 Circuit 1 Circuit 2 ) Circuit 1 Circuit 2 Circuit 1 Circuit 2
Neutral 1 Neutral 2 Neutral | Neutral 2 Neutral 1 Neutral 2 Neutral 1 Neutral 2
5"~ | 5
5% 5% ~—— 2%6" — 3%%6"

W TRACK | Track For up to date product specifications and assistance please visit WAC LIGHTING.COM



Straight Configuration

A WEDR
B WIC

C WPC
D WEC

Flexible Configurations

A WEDR
B WEDL
C WFC
D WEC

Grid Configuration
A WLLC
B WLTC
C  WRTC
D WXC

= Indicates Electrical Continuity

Cable Suspension Mount

WMFP
WMED
WEDL
WMST-X
WMT
WMST-TB
WMST-XS
WMLC
WLLC
WEC

- - I mmognw>

WAC LIGHTING

Use one support for every 4 feet

Stem Suspension Mount

A
B
C
D
E
F
G
H
1

J

WMSP
WMED
WEDR
WMT-XS
WMT
WMT-TB
WMT-X
WMLC
WLLC
WEC

W TRACK | Track 102



W Track Surface Mount Two Circuit Architectural Track & Accessories

120V/277V Track Sections

I Model Length Finish
' 1 wT v |4 4 BK - Black
VV WHT 277V 8 8 PT Platinum
\ e 12 12 |WT  White
N 4 l Example: WHT4-PT
— %" -

Each section includes two matching end caps.

= Indicates Electrical Continuity

Accessories Model  Volt  Finish Description
Live End Direct wiring th h 4
fvern .. WEDL 120V irect wiring farough "L" Connector _ . WLLC 120V Join 2 track sections to make power
Connector “&% WHEDL 277V ceiling. Polarity on left side Lef N Q feedable 90° left polari
- Left BK of track - Left < WHLLC 277V BK feedable 90°left polarity turns.
PT PT
Live End Direct wiring through 4
N WEDR 120v | WT ili i i "L" Connector _ WRLC 120V | WY Join 2 track sections to make power
Connector "% ceiling. Polarity on right DA
- Right ' WHEDR 277V side of track - Right ‘X WHRLC 277V feedable 90° right polarity turns.
WPC 120V BK Joi ] ftrack {
"I"Connector ¥ p 277V PT O.lt’; rv;/o igctl/()ns or_ tm_tc "T"Connector N WLTC 120V Join 3 track sections. Power feedable.
= WHPC wr Vheecncalcontinuity. _Left o K\&_ WHLTC 277V | gg Polarity onoutside edge.
nn X BK : { PT
1" Power N wic 120V PT Power er_nrypomtatrhe "T"Connector N WRTC 120V | WT  Join 3 track sections. Power feedable.
Connector \“\ WHIC 277V WT connection of two tracks. ~ Right P 3 WHRTC 277V Polarity on inside edge.
) WEC BK Transition from ‘m./a//-to- e ; N 7 WXC 120V g.llf Join 4 track sections.
Hexble 120V pr el walto celing or eIl LN WHXC 277V Power feedable.
Connector % WHFC 277V ceiling-to-ceiling. WT
wT Power feedable.
Track Current Limiter Volt  Rating Finish Description
BK
120V Covers a standard <%
Canopy Plate CcP 277V PT #"octagonal box. Liveend WEDL 10y | TA  TAmp
WT - Left .. WHEDL 277v | 2R 25Amp BK Assures compliance
5A 5Amp PT to California Title
BK < 7A  75Amp 24 or ASHRAE 90.1
End Cap "\‘ WEC 120V PT Li\{e end 3 WEDR 120V | 10A 10Amp wT requirements
277V | Wt - Right ». WHEDR 277V 12pA 12Amp
Suspension Model Length Finish Description Suspension Accessories Model Finish
[°] p
6 6"
12 12" "I" Power Connector BK
. . BK Power feed to connect with a Live . WMPC PT
Stem Kit 24 24 ) Suspension Mount
) WMSP PT End or any Joiner/Feeder. wWT
With Power Feed 36 36" .
wWT Field cuttable.
48 48"
% %" Power Feed Coupler A BK
Suspension Mount 3 WMI PT
Flexible BK Flexible power feed to connect with Use with "I" power = C
48 48" aLive End or any Joiner/Feeder. connector wT
Power WMFP PT .
96 96" Recommended for use with Cable
Feed WT . .
Suspensions. Field cuttable. - BK
6 6" Live End Ie WMED PT
. _ " Suspend track from the ceiling. Suspension Mount
Pendant Stem Kit WMT-X 12 12 BK Field cuttable. wWT
24 24"
. PT
36 36 wT B } BK
T Bor Stem kit WMT-TB | 48 48" Suspend from drop ceilings. Field "I" Connector WMLC PT
926 96" cuttable. Suspension Mount
WT
Xs6 6"
Xs12 72" BK BK
I li XS24 24" kfi / iling. | | "T" -3
Sloped ?EI ing WMT CPT Syspend track from a sloped ceiling. T Conn_ecror =, WMTC PT
Stem Kit XS36 36 WT Field cuttable. Suspension Mount WT
XS48 438"
XS96 96"
BK "X" Connector 3 o BK
Sloped Ceiling WMST XS48 48" PT Suspend track from a sloped ceiling. Suspension Mount % 5 WMXC PT
Cable Kit XS96 95" Field cuttable. A WT
WT
Suspension Cable _ _ Suspend track from the ceiling. BK
Kit * WMST-X 48 48" BK Field cuttable. Suspension \ WMT PT
- [ 926 96" PT i Hanger Clip \ <
T-Bar Suspension Suspend track from drop ceilings. 4 wWT
. WMST-TB WT ;
Cable Kit Field cuttable.

W TRACK | Track
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W Track Recessed Two Circuit Architectural Track & Accessories

Flanged

[}

Flangeless
Installs flush to ceiling

[}

- il 19" ‘w s aehl 154"
7 : Sy L - NNE -
VE S | i NE X |
ML N7
- e - 315" -
Flanged Track Sections Flangeless Track Sections
Model Length Track Type Finish Model Length Track Type Finish
4 4’ BK  Black 4 7 BK Black
W.II-IT ;i?& 8 8’ RT Flanged PT  Platinum WLT ;igg 8 & RTL Flangeless  PT  Platinum
12 12 WT  White 12 712 WT White
Example: WHT8-RT-WT Example: WT8-RTL-WT
Each section includes two matching end caps. Each section includes two matching end caps.
= Indicates Electrical Continuity
Accessories Flanged Flangeless Model Voltage  Flanged/Flangeless  Finish  Description
WEDL 120V
Live End Connector - Left - \&
\ WHEDL 277V RT  Flanged BK ’ - -
RTL  Flanaeless PT Use for direct wiring through ceiling.
Live End Connector - Right \‘ \N* WEDR 120V ’ wr
S WHEDR 277V
p BK . . .
" Connector WPC 120V RT Flanged / PT Use to join two sections of track with
WHPC 277V Flangeless WT electrical continuity.
$ < BK . .
" power Connector wicC 120V RT Flanged PT Power entry point at the connection of
\} \ WHIC 277V RTL  Flangeless wT two tracks.
" Connector — Left y : < WLLC 120V Use to join 2 track sections to make
BNGS AN WHLLC 277V BK power feedable 90° left polarity turns.
RT Flanged PT
RTL Flangeless wT
" Connector — Riaht . F WRLC 120V Use to join 2 track sections to make a
g W vg/\& WHRLC 277V power feedable 90° right polarity turns.
* L
T Connector - Left 5 N WLTC 120V Use to join 3 track sections. Power
> 4 4 Ne* | WHLTC 277V feedable. Polarity on outside edge.
W, vm BK
RT Flanged PT
@ o RTL  Flangeless WT
" Connector — Riaht N AN WRTC 120V Use to join 3 track sections. Power
g W W WHRTC 277V feedable. Polarity on inside edge.
¥ n < z BK . .
W' Connector N4 > & WXC 120V RT Flanged PT Use to join 4 track sections. Power
GG vﬂ/\& WHXC 277V RTL  Flangeless wT feedable.
) ) 120V Flanged / To suspend the track.
S H cl ﬁ
sepensienangertip v wmT 277V RT Flangeless Without power feed.
BK
\ 120V Flanged /
Q
End Cap 4 WEC 277V RT Flangeless PT
WT
Track Current Limiter Model Volt Flanged/Flangeless  Rating Finish Description
e Lo AN ~ WEDL 120V 1A
lveend-te \ \ #'_ WHEDL 277V 2A 2.5Amp BK Easy to install and aids in
RT Flanged 5A  5Amp PT compliance to California
RTL Flangeless 7A 7.5Amp Title 24 of ASHRAE 90.1
Live end - Right > A WEDR 120v 10A 0Amp wT requirements
O ~ WHEDR 277V 12A  12Amp

WAC LIGHTING
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Paloma Premium LED

Museum-quality LED luminaires with high performance reflector optics and recessed drivers
Meets 2013 California Title 24 Efficiency

Die-cast aluminum construction

365° horizontal rotation and 180° vertical aiming
Smooth and continuous ELV dimming for 120V
50,000 hours rated life

.

.

Accommodates 1 filter lens and 1 accessory
Color Lenses, Filter Lenses, and Beam Control

W TRACK | Track

Recessed Driver Hidden Within W Track
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Paloma LED512 1%"

1M1%" —
Power: 11.5W ‘ | = :
Lumens: Up to 780 == —1 i .
CBCP: Up to 3430
5%" —
CRI: Upto 90 . -
Comparable: ~ 50WMR16 3%" 1 [ H‘“‘q\_‘

T2 ‘ 7 P ?

TrackType  System Model Beam Color Temp Finish (‘
\ 2

927 2700K (90CRI)
27 2700K )
S 79° BK Black
W Track WTK 120V LED512 N 24° 930 3000K(90CRI) PT  Platinum
WHK 277V F o360 30 3000K WT  White
35 3500K
40 4000K
Example: WTK-LED512S-27-WT
Lenses and Accessories (order separately)
AMB  Amber .
BLU  Blue g)g;’gjl;’;s tExzjng’;’F Cross Louver  LENS-16-CRL
ColorLens LENS-16 |GRN  Green Honeycomb ~ LENS-16-HCM
Spread Lens LENS-16-SPR
RED  Red Beam Elonaatin LENS-16-BEL Snoot LENS-16-SNOOT
YEL  Yellow gating
Paloma LED522 1%" .
- — 16" ——
Power: 23.5W I = =] -
Lumens: Upto 1310 ’
CBCP: Up to 5780 674"
CRI: Upto 90 AN \
Comparable: 100W Halogen —_ 4 N B
34"
Track Type  System Model Beam Color Temp Finish
927 2700K (90CRI)
27 2700K
S 79° BK  Black
W Track WTK 120V LED522 N 24° 930 3000K(50CRI) PT  Platinum
WHK 277V F o360 30 3000K WT  White
35 3500K
40 4000K
Example: WTK-LED522F-35-BK
Lenses and Accessories (order separately)
AMB  Amber . ¢
BLU Blue ngFt//tsrLLens t:m::;g:g&ﬁ Cross Louver LENS-20-CRL ™
ColorLens LENS-20 | GRN  Green osteatens Honeycomb  LENS-20-HCM
Spread Lens LENS-20-SPR
RED  Red Beam Elonaatin LENS-20-BEL Snoot LENS-20-SNOOT
YEL  Vellow eam tlongating
3un "
Paloma LED532 1% —— 6% —
Power: 28W o E ‘ 1 )
Lumens: Upto 1755 = ]
CBCP: Up to 9770 12%"
CRI: Upto 90 KU J
Comparable:  7150W Halogen —
E— 7%"
—_— N L
5"
Track Type  System Model Beam Color Temp Finish
927 2700K (90CRI)
27 2700K
S J6° BK  Black
W Track WTK 120V LED532 N 25° 930 3000K(90CRI) PT  Platinum
WHK 277V F 360 30 3000K WT  White
35 3500K
40 4000K
Example: WTK-LED532N-40-WT
Lenses and Accessories (order separately)
AMB  Amber .
BLU Blue gvilierLens t:n:::g:g&ﬁ Cross Louver LENS-30-CRL
ColorLens LENS-30 |GRN  Green ostearens Honeycomb  LENS-30-HCM
Spread Lens LENS-30-SPR
RED  Red . Snoot LENS-30-SNOOT
Beam Elongating ~ LENS-30-BEL
YEL Yellow

For up to date product specifications and assistance please visit WAC LIGHTING.COM W TRACK | Track
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LOGOS LEDme®

LED40 LED23
Power: 38W 23W
Lumens: Up to 3080 Upto 1845 h
CBCP: Up to 24,767 Up to 18,049
Comparable:  70W HID 39W HID
CRI: 85 85 8 O
Dimming: 100% — 10% (120V only) 100% - 10%
Rated Life: 100,000 hours 100,000 hours Lm/W

LI

@906
2000 |
200 High performance light engine with TRI

r optics and CBCP which outperforms
a 70W metal halide spot light.

Lockable aiming angle

'

VI,
134" 1%"
- 4%” - . —t
—= P
I — > 7
8" 7 \sw 79" < / N\ 734"
Vs fmm\ 1/
/ \ e 62
- | VAN ]
47" \/ 1 — 43" — v N
— 5y : e
814" °
LED40 LED23 Interchangeable TIR lens assembly
LED23 LED40 Finish
12° OPH-9X3-12D OPH-16X3-12D gy .
Track Type System Model Beam ColorTemp  Finish 24° OPH-9X3-25D OPH-16X3-25D P/GC,
s* 100 36° OPH-9X3-40D OPH-16X3-40D W‘;tl.’tzt’m
N o0 27 200K | g oo 19°%32° OPH-9X3-ELD OPH-16X3-ELD WT
o dci
Wik WTK 120V LED23 23w F 36" 30 3000k o [ o Replaceable LED Modules
WHK 277V |LED40 40W | E ’/9/. xt_azl :(5) jgggg WT White | |2700K  RM-9X3-27  RM-16X3-27 |gy .
elp ’2“ 3000k RM-9X3-30  RM-16X3-30 | o -
sprea 3500K RM-9X3-35 RM-16X3-35 Whit
Example: WTK-LED23S-40-WT  *not Energy Star Rated 4000  RM-9X3-40  RM-16X3-40  WT "Ite

Example: OPH-9X3-25D-BK

W TRACK | Track For up to date product specifications and assistance please visit WAC LIGHTING.COM



Superior efficacy LED luminaires for retail requirements. Comparable to 39W and 70W HID

« Energy Star® Rated « Die-cast aluminum construction
» Single tool-free lens assembly for easy in field change of beam angle » Smooth and continuous ELV dimming
+ 360° horizontal and 180° vertical aiming + High performance with fixture efficacy up to 80Lm/W

WAC LIGHTING W TRACK | Track




ARGOS LEDme®

Power: 25w
Lumens: Upto 1525
CBCP: Up to 5868
Comparable: 39WHID
CRI: 85
Dimming: 100% - 10%

Rated Life: 100,000 hours

LED luminaire with minimal size form factor. Outperforms a 39W HID

Energy Star® rated

Smooth and continuous ELV dimming

Free of projected heat and UV radiation

Die-cast aluminum construction

Tool-free lens assembly for easy in field change of beam angle

ANSI Compliant Warm/Neutral LED Bins for a finer color consistency

.

360° horizontal and 90° vertical hot aiming

Accepts one lens

Alternate beam angles may be ordered separately

Track Type System Model Beam  ColorTemp  Finish
27 2700K
BK Black
WTK 7120V S 20° 130 3000k .
WTrack wuk v YD e oo 35 5500k ":VTT 5&‘/’7%’;“'“
40 000K
Example: WTK-LED25S-27-BK
Interchangeable TIR assembly Replaceable LED Modules
2700k  RM-10X3-27
20° OPH-10X3-20D §$ g;"f.k 3000 RM-10X3-30
42° OPH-10X3-42D |\ . W‘/’,’t”“m 3500k  RM-10X3-35
e 4000k RM-10X3-40

W TRACK | Track

Single tool-free lens assembly
= for easy in field change
of beam angle

ENERGY STAR

(o)
—_

— 4%"—

2
V.

%
&

——4%4"— <
178"

Lens
LENS-1X3-FR Frosted
LENS-1X3-DIC-AMB Amber dichroic
LENS-1X3-DIC-BLU Blue dichroic
LENS-1X3-DIC-GRN Green dichroic
LENS-1X3-DIC-RED Red dichroic

LENS-1X3-DIC-YEL

Yellow dichroic

For up to date product specifications and assistance please visit WAC LIGHTING.COM
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LED17

Reflex PRO LEDme®

LED27

LED17 LED27
Power: 17w 27W
Lumens: Upto 1125 Up to 1890
CBCP: Up to 3780 Up to 7455
Comparable: 20 WHID 39W HID
CRI: 85 85
Dimming: 100% - 10% (for 120V only)
Rated Life: 100,000 hours 100,000 hours

| 360° horizontal and
180° vertical hot aiming

Track Type System Model Watt Beam  ColorTemp
WTK 720V LED17 17W 27 2700K
W Track S 20° |30  3000K
WTK 7120V F 45° |35  3500K
WHK 277V LED27 2/ 40  4500K
Example: WHK-LED27F-35-WT
Replaceable LED Modules
LED17 LED27
2700K RM-7X3-27 RM-11X3-27
3000K RM-7X3-30 RM-11X3-30
3500K RM-7X3-35 RM-11X3-35
4000K RM-7X3-40 RM-11X3-40
Lenses and Accessories
AMB  Amber
Color Lens LENS-20 LED17 Zl;tllj\l f;l;fen LENS-20 LED17
LENS-25 LED27 RED Red LENS-25  LED27
YEL Yellow

Professional performance for best-selling LED luminaire.
Comparable to 20W and 39W HID

- Energy Star® Rated

« Alternate beam angles may be ordered separately

« Smooth and continuous ELV dimming

+ ANSI Compliant warm/neutral LED bins for a finer e

color consistency

3/ [

+ Accepts one lens/accessory

Lm/W

Die-cast aluminum
construction

Finish
K Black LED17
T  Platinum
WT White
LED27
FR Frosted Lens

SPR Spread Lens
BEL Beam Elongating
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Exterminator LEDme®

Power: 23W
Lumens: Up to 1450
CBCP: Upto 6772
Comparable: 39 WHID
CRI: Up to 90

Dimming: 100% — 10% (120V only)
Rated Life: 60,000 hours

Lockable vertical aiming
for precise adjustments

)

LED luminaire with high CRI and minimal size form factor for upscale retail. h
Comparable to a 39W HID _gm”/'ﬁ(
« Energy Star® Rated ENERGY STAR
+ Meets 2013 California Title 24 Efficiency

« Twist lock aiming mechanism 63
+ Smooth and continuous ELV dimming Lm/W

355° horizontal rotation and 180° vertical aiming
ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
Accepts one lens/accessory

Accommodates 1 lens
Color Lenses, Filter Lenses, Beam Control Lenses

Track Type System Model  Beam Color Temp

WTK 720V S
W Track WHK 277V LED20 F

927 2700K (90CRI)
27 2700K
20° 930 3000K (90CRI)
40° 130  3000K
35  3500K
40 4000K

Example: WTK-LED20S-930-WT

Lenses and Accessories (order separately)

AMB Amber
BLU Blue
ColorLens  LENS-16 GRN Green
RED Red
YEL Yellow

UV Filter Lens
Frosted Lens
Spread Lens
Beam Elongating

WAC LIGHTING

Finish i 1612"
BK  Black
PT  Platinum
WT  White
Interchangeable Reflectors Replaceable LED Modules
120° RF-S | [2700K(90CR)  BXRC-27G1000 |
LENS-16-UVF
LENs1eFR | 40 RF-F | 2700 BXRC-27E1000 |
LENS-16-SPR 3000K(90CR))  BXRC-30G1000 |
LENS-16-BEL 3000K BXRC-30E1000 |
3500K BXRC-35E1000 |
4000K BXRC-40E1000 |
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Up to 45°

Wall Washer LED

Power: 2W Optimal uniformi.ty fro.m an asymmetrical wall wash luminaire designed to reduce h
e Up t0 2520 neEcessar)Sl mg:ntlr:jg distance from the wall compared to fluorescent wall washers .
Comparable:  55W CFL * Energy Star” Rate o
CRI: 85 « Replaces halogen and fluorescent wall wash luminaires
L + ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
Dimming: 100% - 10% (120V only) ELV i . X
Rated Life: AT « Smooth and continuous ELV dimming
atedLite: ’ ours « Die-cast aluminum construction Lm/W
« Thin profile
« 45° vertical tilt
Average Footcandle Performance
(3000K, aimed for peak illuminance)
Track Type System Model ColorTemp  Finish
A
27  2700K BK  Black _
WTK 720V 30 3000K . 45°
WTack wnk 277y LEPARW 35 sk \':vTT C‘//Zt’t”e u { \
40  4000K B |
Example: WTK-LED42W-27-WT e
= = A: mounting feet from wall
(el 0o R
[ B: aiming feet from ceiling
[1 []
T 6" A
3" J 5 3 2
1 B2 128 79 51
‘ 14" " 2 4 51 41 32
‘ ‘ ¢ 6 26 23 20
) 4ft |2t
——

'Fi-q-,_

il

W TRACK | Track

(L

\ = Due to the asymmetrical forward throw
and tilting, WAC LED Wall Washer can be
\ mounted closer to the wall than

fluorescent

For up to date product specifications and assistance please visit WAC LIGHTING.COM



Vamp HID Track Luminaires

HID202A - Adjustable

15°- 30° Adjustable beam angle on fixture

Lamping:

HID CDM T4, 20W/39W/70W

Lens Options: Up to 3 filter lenses and accessory

Track Type System Model Power Finish
20E 20W  |BK  Black
W Track w;‘:( ;% HID202A 39E 39w PT Platinum
70E 70 WT  White

Example: WTK-HID202A-20E-WT

Lenses and Accessories

Patent Pending
Beam Adjustment Control

AMB Amber .
BLU Blue UVFilterLens LENS-111-UVF Cross Louver LENS-111-CRL Tra
Color Frosted Lens LENS-111-FR ;
LENS-111 | GRN  Green Honeycomb  LENS-111-HCL -
Lens Spread Lens LENS-111-SPR -
RED  Red Beam Elonaating  LENS-111-BEL Snoot LENS-111-SNOOT -
YEL  Yellow ||°%¢ gating '
Lamping: HID CDM T4, 20W/39W/70W
Lens Options: Up to 3 filter lenses \1 7"
£ v
6%8" 1
1
41 v \/
Track Type System Model  Beam Power Finish
15°
WTK 120V S ) 20E 20 |BK Blac_k
W Track WHK 277V HID202 N 25° 39E 39/ PT Platinum
F 40° 70E 70/ 'WT White
Example: WTK-HID202N-70E-BK
Lenses and Accessories
AMB Amber .
BLU Blue || UVFlltertens  LENS-30-UVE [ ) er LENS-30-CRL
Color Frosted Lens LENS-30-FR
LENS-30 | GRN Green Honeycomb  LENS-30-HCL
Lens Spread Lens LENS-30-SPR
RED  Red Beam Elonaating  LENS-30-BEL Snoot LENS-30-SNOOT
YEL  Vellow gating
L ing: 12%"
amping: HID CDM PAR20, 20W/39W
Lens Options: Up to 3 filter lenses and accessory < > ‘
3{/8,, /63/8"
N
Track Type System Model Power Finish
BK  Black
WTK 720V 20E 20W .
W Track HID220 PT  Platinum
277V w .
WHK 39E 39 WT  White
Example: WTK-HID220-39E-PT
Lenses and Accessories
AMB Amber X
BLU  Blue UVFilter Lens LENS-20-UVF Cross Louver ~LENS-20-CRL
Color Frosted Lens LENS-20-FR
LENS-20 | GRN Green Honeycomb  LENS-20-HCL
Lens Spread Lens LENS-20-SPR
RED Red . Snoot LENS-20-SNOOT
Beam Elongating LENS-20-BEL
YEL  Yellow

WAC LIGHTING
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H/L/J/J2TRACKSYSTEM

H Track

— % —]

A V6"

Ground
Neutral ‘«g%eu,‘ — Circuit

L Track

“7 136"

"

15/6"

L

Ground

A variety of 120V rigid track systems that can be used for new construction
or retrofitted onto most existing track system installations.
All track luminaires are offered in H, L, J, or J2 adapters
to specify as needed. Available in 4 finishes.

JTrack
= 1%" —
= %" —|

=2 %"
AU/ }

Neutral |‘9V16"’| Ground

J2 Track

-— 1% ——

[=—13/6"—=]

i

136"

Circuit 1 ‘—-9/15"* Neutral

Circuit 2
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H/L/J Track Systems Design Guidelines

Choose track system WAC Lighting offers standard systems: L, H and J single circuit track systems and our J2 two circuit system.
Laying out the Determine layout of track and choose appropriate connectors to achieve the look you desire.

track design Mark along the ceiling to indicate the placement of the track.

Power For direct ceiling mounting connect to J box using a live end connector in conjunction with a canopy plate.

For suspension mounting, connect to J box using a suspension kit canopy. Your maximum load capacity per circuit is 1920W.
Determine the total wattage of the fixtures before laying out the remainder of the system.

Mounting For direct ceiling mounting, screw directly into ceiling. For drop ceilings, use two T-bar clips for 2 foot or 4 foot track and
three for 6 foot or 8 foot track. In order to suspend the track, determine your ceiling type, flat or sloped, and choose
appropriate standoffs. Use three supports minimum for an 8 foot section and two for a 4 foot section.

Custom length suspensions are possible with the use of suspension rods.

g R

connectors can be either conductive or non conductive. Non-conductive dead end "I"' connectors may be used to
electrically separate two runs without any visible separation to the design. Other available connectors
include an "X"connector, "L" connector, "T" connector, and a flexible track connector.

Joining track sections

Quick Connect™ Quick Connect™ Fixtures and Pendants allow for an extensive selection of glass and metal elements
to complement the 120V track design. All Quick Connect™ elements require the appropriate Quick Connect™ track adapter.
(e.g. EN-HQ50AR-BK)

Useful Tips Track is supplied with two end caps.

Assistance is only a phone call away. If you need help or design ideas
please call WAC Lighting to speak to a friendly technical support specialist at (800)526-2588.

Sample Layout (example using L Track System)
SK18

LLE

LT2

LL-LEFT

L-LED175-27

L-ENDCAP

mmgNnw >

Selecting Connectors (example using H Track)

- In order to select the appropriate connectors to maintain electrical continuity,
start at your power source and walk the length of the track. If you turn left, use
a left connector. If you turn right, use a right connector.

Polarity is just a matter of matching ends
The 2 wire side of an "H" Track has an indicator groove running its length

- Using a left connector, the track would run « Using a right connector, the track would run with the D = Electrical Continuity
with the groove along the outside groove along the inside

L - | — R- |- — 0
}!\ Left Connector (HL-LEFT) .!} Right Connector (HL-RIGHT)
» Groove on the Outside Edge  Groove on the Inside Edge
« Contacts on the Outer Angle « Contacts on the Inner Angle i
— ]
U
[ i
L. ] R.

WAC LIGHTING
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H/L/)J

Description:

Track Systems

Single circuit, H, L and J Track

i

!

Power per Circuit: 120V, 1920W max H Track V6"
Operating Current:  Rated 20A max ‘ » —
~ 94—
Track Sections
Model Length Finish Description 1% -
2 2 BK Black !
4 4 | BN  Brushed Nickel o L Track 6" _ i
HT HTrack 6 ¢ WT  White 120V 3-wire track _l . A
8 8' DB* Dark Bronze |~o/ o]
Y16
2
, BK Black
:'.IT. 5 ;’rr Z;I: : 2 BN  Brushed Nickel 120V 2-wire track o
. WT  White 1 —
8 8 %" |
}
Example: HT6-BK J Track 3/;‘
Each section includes two matching end caps. - g o
16
Quick Connect Adapter Model Finish Description
- i BK Black Use to easily connect any
Quick Connect EN-HQ50AR H Track BN Brushed Nickel Quick Connect pendant or fixture.
EN-LQ50AR L Track . .
Adapter EN-JQ50AR /)2 Track WT  White Min.Load: TW
DB*  Dark Bronze Max Load: 50W
Track Suspension Model Length Finish Description
BK Black
All Track SK 18 718" 36 36" | BN Brushed Nickel Extends track from ceiling. Includes track bracket,
Suspension Kit 24 24" 48 48" | WT  White rod and ceiling canopy.
DB*  Dark Bronze
18 18" BK Black
Suspension Kit ., 48 48" BN Brushed Nickel Use with Rod Coupler (Rl) to further extend track
R 24 24 . . .
Extender y 36 36" 72 72"  WT  White from ceiling.
DB*  Dark Bronze
& BK Black . . .
Sloped Ceiling y BN Brushed Nickel Use with suspension kits to
SK14 . accommodate sloped ceilings.
Adapter WwT - Whie Max capacity: 7A, 800W, 120V
DB*  Dark Bronze pacity: 72, !
BK Black
BN Brushed Nickel . . "
Rod Coupler ' RI WT  White Join two rods for suspensions longer than 48"
DB*  Dark Bronze
Suspension BK Black
Adjustment 0 SKO5 Includes two collars BN Bru§hed Nickel Used when suspension rod is field cut to custom
Collar kit WT  White lengths. One kit of two required for each rod.
DB*  Dark Bronze
Low Voltage 6 o 24 o0 BK Black A Exte:jds low vqltage track heads from track.
B . | BN Brushed Nickel Specify extension, fixture and finish.
Track Head X 12 12 36 36 . . .
Extension 18 15" a8 43" WT  White Only available as complete unit.
DB*  Dark Bronze Example: X18-HHT-809-WT
Line Voltage BK Black
Track Head 18 718" 36 36" | BN Brushed Nickel .
Extension H 24 o1 a8 45 WT  White Extends H System line voltage track heads.
(H track only) DB*  Dark Bronze
BK Black
SMI/ZH 212;1:: h T r TBKT 18" BN  Brushed Nickel Extends track 24" from wall.
Brafket ) - WT  White Use two per 4’ length, three per 8’ length.
DB*  Dark Bronze

Example: SK24-BK
*DB finish only available for H Track
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Accessories Model Finish Description
BK  Black . . ..
Live End HLE BN Brushed Nickel A" X 19" X % Use fqr d:recf wiring throygh c‘ellmg. A canopy
Connector . LLE WT  White A" % 134" % 34" plate is requires when using with a standard
- JLE DB* Dark Bronze 434" X 114" X 34" junction box.
. BK  Black . .
Live End 1 HBXLE BN  Brushed Nickel 6"x 138" x1 % Use with surface mountec{ BX or non-metallic
BX Connector . LBXLE WT  White 534" % 13%"x 1%4"  sheathed cable. Also provides through the
® | JBXLE DB* Dark Bronze 6%"x 1%"x 1%"  ceiling connection.
BK  Black
1 HI-PWR BN  Brushed Nickel ~ 07 X 1%/ X %"
"I" Power Connector LI-PWR WT  White 7" % 134" X 34" Power entry point at the connection of 2 tracks.
~ JI-PWR DB* Dark Bronze LRI LR
- 347 ¢ 234" % 34"
"L" Connector ::It_t::: i;‘ < ij ><3/A” Use to join 2 track sections to make power
Left JL-LEET BK  Black 41/4"§ 41/4& 3/4 feedable 90° left polarity turns.
g 3 BN  Brushed Nickel 4 47X 74
- ) WT  White A g
"L" Connector . [It;léi:;l’ DB* Dark Bronze i;‘ : ij ;S/A Use to join 2 track sections to make power
. 4 4 4 o, :
Right JL-RIGHT 4947 % A% X feedable 90°right polarity turns.
& - HT BK  flack : 4" X 234" X 34" Use to join 3 track sections. Power feedable
. . BN  Brushed Nickel wn ; ;
T" Connector ,\:’ LT WT  White 74" X 44" X 34" on Hand Jonly. "T" Connector with opposite
JT DB* Dok Bronse 78" X 44" X 34" polarity can be custom ordered.
BK  Black
Ys" s AVa" X 34"
o 4 ’ HX BN  Brushed Nickel AW X A" X % Use to join 4 track sections. Power feedable
X" Connector LX . 78" X 7¥8" x 34"
WT  White B Lo on HandJonly.
con X DB* Dark Bronze TR X T X %
BK  Black
- s 134" % 34"
. L HI BN  Brushed Nickel 37X 19%"x % Use to join two sections of track with electrical
I"Connector | 3 ) L WT  White 37X 19" x %" continuit
o I DB* Dark Bronze 37X 1% x % g
BK  Black
- - M 1347 < BN
"I"Dead End - HI-DEC BN  Brushed Nickel 3 >f,1 % X h B Joins two sections of track without electrical
Connector ‘-\ - LI-DEC WT  White 3%"X 1%"x % continuity.
d JI-DEC DB* Dark Bronze 37X 1% x %
BK  Black ) )
Flexible Track HFLX BN  Brushed Nickel 11" 134" X % Connects two ‘tr‘ack sections at variable angles.
Connector LFLX WT  White 9%4" x 138" x 34" Use as a transition from wall-to-wall, wall-to-
~ JFLX DB* Dok Bronse 815" x 134" X 34" ceiling, or ceiling-to-ceiling. Power feedable.
3 * H-LOOP BK  Black . 13" % 13" x 3" 3inch electrical loop accepts chain hung
. BN  Brushed Nickel .
Suspension Loop L-LOOP WT  White 13" % 13" x 3" fixtures up to 35Ibs. Contains compartment for
J-LOOP DB* Dok Bronse 13" % 13" x 3" electrical connections.
15" Cord, Male Plug HCORD
o~ use with Hand J
& BK  Black 15' Maximum capacity: 7A, 800W, 120V.
15’ Cord, Male Plug O LCORDSET WT  White
w/Switch use with L
. . - Attaches track to T-bar drop ceilings. Use two
T-Bar Drop Ceiling < f";. % T-BARCLIP Chrome 1" % 114" for 2 foot or 4 foot tracks, three for 6 foot or 8
Attachment "
- foot tracks.
=™
HMP BK  Black " Mount a single H, L or J system track fixture to
Monopoint L/IMP LMP BN  Brushed Nickel 2 4:;” a junction box. When used with a low voltage
Canopy Adapter IMP WT  White Q;” ¢ 3 track head the transformer box will protrude
\\:____, DB* Dark Bronze SRS off of the face of the monopoint.
HMP
BK  Black
BN  Brushed Nickel 415" x 41" Covers a standard 4 inch junction box.
Canopy Plate cp WT  White Use with any powerable connectors.
DB* Dark Bronze
BK  Black
Floating Canopy HFC BN Brushed Nickel 41/2” X 41/2” x 1 1/2” Connects to octagon box. Allows track to be
Connector " = LFC WT  White A" X AYA" X 1% powered anywhere along the length of the
: JFC DB* Dark Bronze 4% x 4%"x 1%"  track

*DB finish only available for H Track

WAC LIGHTING
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H Track Current Limiter ASHRAE 90.1 and California Title 24 Compliant

Low Cost Energy Code Compliance Made Easy

- Easy to install and assures compliance to California Title 24 or ASHRAE 90.1 requirements
- Energy code track installations are subject to wattage limitations based upon the size and usage of the space
- To order appropriate current limiter, select the model number which corresponds to the H system
to the maximum allowable wattage
+ May be mounted as a standard canopy, used in place of an

upr

connector or as a live-end

How It Works ! |

« If the track is overloaded the current limiter
circuit breaker will trip and
shut down power to the track
« May be reset when the overall sum
of fixture wattages are reduced / X

below the circuit breaker rating
- It's that easy to ensure energy THL-HLE-1A H-LED820  H-LED820 N H-LED820  H-LED820  H-LED820 <120W H-LEDS20 =126W > 120W
efficient usage of track installations
9 Output 1 x 120W 21w 21w 21W 21w 21w 21w

1A X 120V =120W
max load carrying capacity

Model H Track Circuit Breaker Max Wattage  Finishes Dimensions
THL-HLE-1A Tx1A 1x120W
THL-HLE-2A 1X2.5A 1 x 300W
Single Live End " ! THL-HLE-5A 1x5A 1 X 600W
\ {: THL-HLE-7A 1%7.5A 1 900W
THL-HLE-10A 1x 10A 1x 1200W
THL-HI-1-1A Tx 1A 1% 120W
THL-HI-2-1A 2X 1A 2% 120W
THL-HI-1-2A 1X2.5A 1 x 300W
THL-HI-2-2A 2% 2.5A 2 x 300W
. THL-HI-1-5A 1 X 5A 1 X 600W
pouble Live End y. THL-HI-2-5A 2% 5A 2 X 600W
\ Pl THL-HI-1-7A 1x7.5A 1 X 900W
THL-HI-2-7A 2% 7.5A 2 X 900W
THL-HI-1-10A 1Xx10A 1x 1200W
THL-HI-2-10A 2x 10A 2% 1200W BK Black
THL-LEFT-1-1A TX1A 1x 120W BN Brushed Nickel
THL-LEFT-2-1A 2% 1A 2% 120W DB Dark Bronze ACR IR
THL-LEFT-1-2A 1x2.5A 1 x 300W WT White
. THL-LEFT-2-2A 2% 2.5A 2 x 300W
Double Live End . ) THL-LEFT-1-5A 71X 5A 1 X 600W
(Left) THL-LEFT-2-5A 2 X 5A 2 X 600W
\ / THL-LEFT-1-7A 1x7.5A 1 x 900W
THL-LEFT-2-7A 2% 7.5A 2 X 900W
THL-LEFT-1-10A 1x 10A 1% 1200W
THL-LEFT-2-10A 2x 10A 2x 1200W
THL-RIGHT-1-1A Tx 1A 1% 120W
THL-RIGHT-2-1A 2X 1A 2% 120W
THL-RIGHT-1-2A 1x2.5A 1 x 300W
THL-RIGHT-2-2A 2Xx2.5A 2 x 300W
Double Live End 8 : THL-RIGHT-1-5A 71X 5A 1 X 600W
(Right) P THL-RIGHT-2-5A 2 X 5A 2 X 600W
\ P THL-RIGHT-1-7A 1X7.5A 1 x 900W
THL-RIGHT-2-7A 2X7.5A 2 X 900W
THL-RIGHT-1-10A 7 x 10A 1% 1200W
THL-RIGHT-2-10A 2 x 10A 2 X 1200W
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J2 Track

Description: Two circuit track with independently controllable circuits
Power per Circuit: 1920 W max
Operating Current:  Each circuit is rated 20A (2 x 20A = 40A max)

+ Saves on installation costs by eliminating the need for long separate feed runs

Track Sections

Model Length Finish Description
T4 4
, BK Black 120V 3-wire,
2. JzTrack I?Z ?Z’ WT  White  wide style track

Example: J2-T4-WT

e ——

- .
e
|G|

[~— 113" ——

1

Circuit 1 ‘* 3" ’1

Neutral
Each section includes two matching end caps. Circuit 2
P2
J Clip Model Description Yo
o Each 4' section includes 3 —
?Cr:ra;/tl T’gaélk. JCLIP Each 8'section includes 6 &
onversion tlip Each 12'section includes 9
Locks connectors on luminaire into 2-circuit mode
Quick Connect Adapter Model Finish Accessories Model Finish Dimensions
Quick Connect ) MinLoad:1W | BK Live End J2-LE BK "
- 4%
Adapter EN-JQ50AR Max Load: 50/ | WT Connector W wT N
H L |
Live End . J2-BXLE BK 57%"
. . BX Connector - WT
Track Suspension Model Length Finish
" n Ll
Al Track_ ) SK 18 15" 36 36" BK "I" Power Connector J2-IPWR BK 7"
Suspension Kit 24 24" 48 48" |WT & wT
Suspension Kit R ;z ;i 48 48"  BK i Connector-Left J2-LLEFT BK
Extender . 36 oo 72 77wt - 3 wr | AAean
"L" Connector - Right ~ | J2-LRIGHT
Sloped Ceiling &
Adapter i BK '3
SK14 wT "T" Connector #\— J2-T \?VISI' 7" 4Y"
"X" Connector ' o )2X BK 7"x 7"
BK =My WT
Rod Coupler . RI wT
"I"Connector " J2-1 \?VISI' 4"
Suspension g
Adjustment BK
Collar Kit 0 SKO05 Includes two collars WT "I"Dead End & " J2-IDEC BK »
Connector Exa wT 3%
Low Voltage | 6 6" 24 24" Flexible Track BK
J2-FLX 1"
Track Head X 12 72" 36 36" \?\Ilfl' Connector % wT 1%
Extension 18 18" 48 48"
. ili ~
T-Bar Drop Ceiling - % . T-BARCLIP X 1"
Attachment -
Wall Mount _ BK
Suspension [ * |'5 TBKT 18" WT
Bracket BK
Octagon Box Cover J2-UCP wT A" % 418"
. BK
Wire Way Cover N J2-wcov BK
wT T-Bar End Feed < J2-TBLE WT 46" X 46"

WAC LIGHTING

Example: J2-FLX-BK
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LED40

LOGOS LEDme®

LED40 LED23

Power: 38W Power: 23w
Lumens: Up to 3080 Lumens: Upto 1845
CBCP: Up to 24,767 CBCP: Up to 18,049 L
Comparable: 70 W HID Comparable: 39W HID
CRI: 85 CRI: 85
Dimming: 100% — 10% Dimming: 100% — 10% 80
Rated Life: 100,000 hours Rated Life: 100,000 hours

Lm/W

Superior efficacy LED luminaires for retail requirements. Comparable to 39W and 70W HID

« Energy Star® Rated + Die-cast aluminum construction
« Single tool-free lens assembly for easy in field change of beam angle + Smooth and continuous ELV dimming
+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency « High performance with fixture efficacy up to 80Lm/W

+ 360° horizontal and 180° vertical aiming

mEZ. mEZ

4%

s
-— 8" — -— 7% —
LED40 LED23 Interchangeable TIR lens assembly
LED23 LED40 Finish
Track Type Model Beam ColorTemp  Finish 12° OPH-9X3-12D OPH-16X3-12D | gy Black
st 1o 27 00k 24° OPH-9X3-25D OPH-16X3-25D . ¢
H  HTack N s 36° OPH-9X3-40D OPH-16X3-40D :
L LED23 230/ o . 30 000K BK Black 10°% 3° OPH.9X3-ELD OPH-16x3.ELp WT White
LED40 40/ N 35 3500 WT White
3 J/J2Track E 19°x32 40 4000 Replaceable LED Modules
elliptical spread 2700k  RM-9X3-27  RM-16X3-27 | gy

Example: L-LED23S-40-WT *not Energy Star Rated 3000 RM-9X3-30  RM-16X3-30 | f,jg;fwm
3500 RM-9X3-35  RM-16X3-35 :
4000 RM-9X3-40  RM-16X3-a0 | WT hite

Example: OPH-9X3-25D-BK
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ARGOS LEDme®

Power: 25W
Lumens: Upto 1525
CBCP: Up to 5868
Comparable: 39 WHID

CRI: 85

Dimming: 100% - 10%
Rated Life: 100,000 hours

LED luminaire with minimal size form factor
Outperforms a 39W HID
+ Energy Star® rated

+ Smooth and continuous ELV dimming

« Free of projected heat and UV radiation

« Die-cast aluminum construction

- Tool-free lens assembly for easy in field change of beam angle

+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
+ 360° horizontal and 90° vertical hot aiming

« Accepts one lens

=

ENERGY STAR

i,

61

Lm/W

Track Type Model Beam Color Temp Finish
] 27 2700K
f LHTT";C; LEpas S 200 30 3000 BK Black
J 1/J2 Track F 42° 35 3500K WT White
40 4000K
Example: L-LED25S-27-BK
Interchangeable TIR assembly Replaceable LED Modules
2700k RM-10X3-27
20° OPH-10X3-20D g: g";k 3000  RM-10X3-30
42° OPH-10X3-42D |\ . Wf,’t”“”’ 3500k  RM-10X3-35
e 4000k RM-10X3-40

WAC LIGHTING

Available in
monopoint MO-LED25.
See p.91 for detail.

LENS-1X3-DIC-YEL

Lens
LENS-1X3-FR Frosted
LENS-1X3-DIC-AMB Amber dichroic
LENS-1X3-DIC-BLU Blue dichroic
LENS-1X3-DIC-GRN Green dichroic
LENS-1X3-DIC-RED Red dichroic

Yellow dichroic

H/L/J TRACK | Track 122




Reflex
LED27

Reflex and Reflex PRO LEDme®

PRO

LED18

LED9

LED27 LED18 LED9
Power: 27W 18W Iw
Lumens: Up to 1890 Up to 1065 Up to 555 ’ ‘
CBCP: Up to 7455 Up to 8800 Up to 4585 Orf i
Comparable:  39W HID 20W HID 50W MR16
CRI: 85 85 85
Dimming: 100% - 10% 100% - 10% 70
Rated Life: 100,000 hours 100,000 hours 100,000 hours Lm/W
st | \ ‘,
o i 5%" |
f
% LAY <
% AN > jL — <, >
33" " "
Sa— Syt 4,‘ \/\/33/8 = 49" —»‘ \\/\/ 2%
PRO LED27 and LED18 LED9
Track Type Model Beam  ColorTemp  Finish
H  HTrack 5 27 - 2/00K BK Black *Lumen output may vary depending on color
LED9 9/ 'S 70° |WW 3000K i temperature and beam angles.
L L Track . BN  Brushed Nickel
J 2 Track LED18 8/ F 25 35 3500K WT White
CW  4500K
H HTrack s 20° ;(7) égggg BK Black
L LTrack LED27 2/W R BN  Brushed Nickel
J J/J2 Track F 457 135  3500K WT White
40  4000K
Example: H-LED27F-27-BN
Replacement LED Modules Lenses and Accessories
LED9 LED18 LED27 AMB
2700k RM-3X3-27  RM-6X3-27  RM-11X3-27 | gll-illj\l
3000K RM-3X3-30 RM-6X3-30 RM-11X3-30 ‘ Color LENS-20 RED
3500K RM-3X3-35  RM-6X3-35 RM-11X3-35 ‘ Lens LENS-25 YEL
4000K RM-11X3-40 | :2R
4500k RM-3X3-45  RM-6X3-45 \ BEL
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Featured Product: LEDme® Reflex.~H-LED18F=W\\/A

Best selling LED track luminaire in two sizes. Comparable to 39W, 20W HID and 50W MR16

+ Energy Star® Rated + ANSI Compliant warm/neutral LED bins for a finer color consistency
« Smooth and continuous ELV dimming for 120V « Accepts one lens

- Free of projected heat and UV radiation « 360° horizontal rotation and 180° vertical aiming

+ Die-cast aluminum construction

WAC LIGHTING H/L/J TRACK | Track




Up to 45°

Wall Washer LED

Optimal uniformity from an asymmetrical wall wash luminaire designed to reduce
necessary mounting distance from the wall compared to fluorescent wall washers

Replaces halogen and fluorescent wall wash luminaires

ANSI Compliant Warm/Neutral LED Bins for a finer color consistency 60

Power: 2w
Lumens: Up to 2520
+ Energy Star® Rated
Comparable: 55W CFL
(43l B + Smooth and continuous ELV dimming
Dimming: 100% - 10% ELV .
Rated Life: 100,000 hours « Aluminum construction
« Thin profile
+ 45° vertical tilt
System Model Color Temp Finish
27 2700K
H HTrack
30 3000K BK Black
;' 5 /Za;r/; » LEDA2W 135 3500k WT  White
40 4000K

Example: H-LED42W-30-WT

|

= 14"
e J— e
¥ ‘ 3
F-‘-""h—- :
e T— - —
b N

%
%

672"

[

o 20"

=

ENERGY STAR

i,

Lm/W

Average Footcandle Performance
(3000K, aimed for peak illuminance)

A

® \

—t A: mounting feet from wall

B: aiming feet from ceiling

A
2' 3 4'
B 2 128 79 51
4' 51 41 32
6' 26 23 20
4ft 2ft

" Due to the asymmetrical forward throw

and tilting, WAC LED Wall Washer can be
\ mounted closer to the wall than

fluorescent

1 H/L/J TRACK | Track For up to date product specifications and assistance please visit WAC LIGHTING.COM



Wash Light LEDme®

LED110W

LED110W LED210W
Power: 14W 27W
Lumens: Up to 935 Up to 1990
Comparable: 75WMR16 39WHID
CRI: 85 85 M
Dimming: 100% - 10% 100% - 10% o
Rated Life: 70,000 hours 70,000 hours

LED210W

Low Profile design to illuminate bookcases, shelving, wall art, and retail signage.

« Meets 2013 California Title 24 Efficiency
« Smooth and continuous ELV dimming

+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
- Perfect solution for lighting stacks, shelves or signage

« Low profile, extends only 2" from track
- Adjustable aiming of beam and various

System Model Length

mounting orientations

Color Temp Finish

H HTrack
L L Track
J  J/J2Track

LED110W  2p34"
LED210W  309;"

WW 3000k BK

CW 4000k |WT White

Black

Example: L-LED110W-WW-BK

Replaceable LED Modules

LED210W

RM36X02-30RE1-24-1
RM36X02-30RE1-24-2

LED110W
3000K RM36X02-30RE1-24-1
4000K RM36X02-40RE1-24-1

RM36X02-40RE1-24-1
RM36X02-40RE1-24-2

For LED210 order both modules listed.

WAC LIGHTING

4

194"

L
|
A
K

I

e
1B

33"

Lm/W

[~ 4%" [~ 4k"
= =]

- 12%2", 24%" .

Average Footcandle Performance
(3000K, aimed for peak illuminance)
—A—

T

A: mounting distance
from wall or bookcase

r—iw

B: aiming distance

from ceiling
LED110W LED210W
A A
1 2' 3 1 2' 3'

B 2'| 49 | 31 | 19 110 | 69 | 42
4|15 | 12 | 10 32 | 28 | 22
6| 7 6 5 15 | 14 | 12
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Exterminator LEDme®

Power: 23W LED luminaire with high CRI and minimal size
Lumens: Upto 1453 Comparable to a 39W HID
CBCP: Upt06772 « Energy Star® Rated
Comparable:  39W HID + Meets 2013 California Title 24 Efficiency
CRI: Up t0 90 « Smooth and continuous ELV dimming
BN, 100% — 10% + ANSI Compliant warm/neutral LED bins
Rated Life: 60,000 hours for a finer color consistency
+ Accepts 1 lens/accessory
Color Lenses, Filter Lenses, Beam Control Lenses
« 355° horizontal rotation and 180° vertical aiming
« Lockable vertical aiming for precise adjustments
Track Type Model Beam Color Temp Finish
927 2700K (90 CRI)
27  2700K
::' t’ TC’;’CC: LEp2o S 20 930 3000K(90CR)  BK Black
3 2 Track F 40° 30 3000K WT White
35  3500K
40  4000K

Example: L-LED20S-930-WT

Lenses and Accessories (order separately)

Twist lock aiming

3,

=

ENERGY STAR

63

Lm/W

Removable lens cap for easy

Color Lens

LENS-16

AMB
BLU
GRN
RED
YEL

glrz’:’” UV Filter Lens LENS-16-UVF
Green Frosted Lens LENS-16-FR
Red Spread Lens LENS-16-SPR

Beam Elongating Lens  LENS-16-BEL
Yellow

Interchangeable Reflectors

20°
40°

RF-S
RF-F

mechanism change of lenses
{ b
A -
&
Ly
7>
o )
/\ Va
20\ 3
N
Replaceable LED Modules
2700K (90 CRI)  BXRC-27G1000
2700K BXRC-27E1000
3000K (90 CRI)  BXRC-30G1000
3000K BXRC-30E1000
3500K BXRC-35E1000
4000K BXRC-40E1000

1 H/L/J TRACK | Track For up to date product specifications and assistance please visit WAC LIGHTING.COM




L .

Framing Projector LEDme®

Power: 22w
CRI: Up to 90
Life: 60,000 hours

Can be used to project images, signs, and corporate logos
+ Meets 2013 California Title 24 Efficiency
- Uses two lenses to allow precise focus adjustment
« Accepts "D" size Glass and Metal Gobos;
consult WAC Lighting for info on purchasing gobos
+ 355° horizontal rotation and 90° vertical aiming
+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency

« Accepts 1 lens

System Model  Watt Color Temp Finish
927 2700K (90 CRI)
27 2700K
H HTrack
: 9w 3000K (90 CRI) BK Black
;— j;’;;{;d( LEDOOS 22" \ww 5000k WT  White
) 35 3500K
cw 4000K

Example: H-LED009-CW-BK

) 10
AN 16

Lenses and Accessories O \\ m

AMB  Amber e - //\

BLU  Blue ¥\ o
Colorlens  LENS-16 GRN  Green 2%" _© 13%

RED  Red N \ -

YEL Yellow

WAC LIGHTING

34"

ax

Y
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LED810

Impulse LEDme®

LED810 LED820
Power: 14w 23W
Lumens: Up to 951 Up to 1366
CBCP: Up to 4481 Up to 6048
Comparable: 75WMR16 100W Halogen
CRI: Up to 90 Up to 90
Dimming: 100% - 10% 100% — 10%
Rated Life: 60,000 hours 60,000 hours

Clean profile design in 3 finishes.

Comparable to 75W MR16 and 100W Halogen

+ Meets 2013 California Title 24 Efficiency

« Smooth and continuous ELV dimming

- Free of projected heat and UV radiation

« ANSI Compliant Warm/Neutral LED Bins for a finer color consistency
« 360° horizontal rotation and 180° vertical aiming

LED820

Avallable.m Lm/W
monopoint MO-LED810.
J See p.92 for detail.

System Model Beam Color Temp Finish
927
H . ;\7” BK Eé Interchangeable Beam Reflectors
L LED810 DB RF-S
) F ww WT RF-F
35
cw Replaceable LED Modules
BXRC-27G1000
257 BXRC-27E1000
H s ow BK BXRC-30G1000
L LED820 F ww DB BXRC-30E1000
J 35 WT BXRC-35E1000
ow BXRC-40E1000
Example: L-LED820S-27-DB
Lenses and Accessories (order separately) Model Finish
i BK
AMB LENS-16-UVF 008FP DB
. o LENS-16-FR - 8018D wT
LENS-16 REDN LENS-16-SPR Q/’
YEL LENS-16-BEL v Accommodates both LED810 and LED820
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Galileo LEDme®

/2

Lm/W

Power: 14W Modern element with consistent profile regardless
Lumens: Upto 1014 of aiming direction. Comparable to 75W MR16
CBCP: Up to 4843 + Meets 2013 California Title 24 Efficiency
Comparable:  75WMR16 - Smooth and continuous ELV dimming
CRI: Upto 90 « ANSI Compliant Warm/Neutral LED Bins for
Dimming: 100% — 8% .
a finer color consistency
Life: 60,000 hours
+ Replaceable LED module
System Model Beam  ColorTemp Finish
927
H s ;zv BK
L LED610 BN
J F ww wWT
35
cw

Example: L-LED610S-CW-BK

Interchangeable Beam Reflectors
RF-S
RF-F

Replaceable LED Modules
BXRC-27G1000
BXRC-27E1000
BXRC-30G1000
BXRC-30E1000
BXRC-35E1000
BXRC-40E1000

WAC LIGHTING

“ 3%" *‘

7%"

B
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Cartier LEDme®

Power: 14w
Lumens: Upto 1070
CBCP: Upto 5166

Comparable: 75WMR16
Typical CRI: Up to 90
Dimming: 100% — 8%
Life: 60,000 hours

Classic instrument design in beautiful plated metal finishes. Comparable to 75W MR16

« Meets 2013 California Title 24 Efficiency
» Smooth and continuous ELV dimming
+ ANSI Compliant Warm/Neutral LED Bins for a finer color consistency

« Replaceable LED module and reflectors

/6

Lm/W

Retro design with unique Elegant hand cut onyx
dual yoke construction crystal hot aiming handle

System Model Beam Color Temp Finish
927 2700K (90 CRI)
" 27 2700K Interchangeable Beam Reflectors
::I f;;r;;k LED710 S 20° |9WW  3000K (90 CRI) AB Antique Bronze 20° RF-S
3 2 Track F 32° 'ww 3000K AN Antique Nickel 40° RF-F |
35 3500K
cw 4000K

Replaceable LED Modules

Example: L-LED710S-CW-AN

131 H/L/J TRACK | Track

2700K (90 CRI)  BXRC-27G1000
2700K BXRC-27E1000
3000K (90 CRI)  BXRC-30G1000
3000K BXRC-30E1000
3500K BXRC-35E1000
4000K BXRC-40E1000
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LEDme® Quick Connect™ Luminaires

Power: 75w
Lumens: Up to 280
CBCP: Upto 2,451

Comparable:  35WMR16

Color Temp: 3000K
CRI: 85

Rated Life: 30,000 hours

» Smooth and continuous ELV dimming down to 15% or better

depending on system power supply minimum loads

- Replacement LED module may be ordered separately

(model: RM3X3-30-QF)

» 360° horizontal rotation and 90° vertical adjustment

« Die-cast aluminum construction

Forza Orb

1%& K%

173 171
Model # Extension Finish
Track Adapter (required)
Orb QF-LED171 X3 3in

Forza QF-LED173

X6 6in
X12 712in

BN Brushed Nickel
DB Dark Bronze

Example: QF-LED173X3-BN

3%"

System  Model Finish

L Track EN-LQ50AR | BK,BN,WT
HTrack  EN-HQ50AR | BK, BN,DB,WT
J Track EN-JQ50AR BK, BN, WT

o |
4 > - 3y

WA RO

Az NN
AN 2
102 NV

« Smooth and continuous ELV dimming down to 15% or better

depending on system power supply minimum loads

« Strong projected light output with no projected heat

» 360° horizontal rotation and 90° vertical adjustment

« Die-cast aluminum construction

L
- \/ N
— %" \\/ ’
Ovum N %" Portal
101 103
Power: 4W (Portal), 3W (Charge/Ovum)
Lumens: Up to 109
CBCP: Upto 1,536
Color Temp: 3000K
CRI: 85
Rated Life: 50,000 hours
Model # Finish
BN Brushed Nickel
Portal QF-LED103-W DB Dark Bronze
WT White
Ovum  QF-LED101-W . BN  Brushed Nickel
25
. DB DarkBronze
40 .
Charge QF-LED102-W WT  White ‘

Example: QF-LED101-W-F-BN

WAC LIGHTING

Track Adapter (required)

System  Model Finish

L Track EN-LQ50AR BK, BN, WT
HTrack  EN-HQ50AR | BK,BN,DB,WT
JTrack EN-JQ50AR BK, BN, WT
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Caribe LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
Lens Options: Up to 2 lenses using optional lens ring

System Model Watt Lens Ring  Finish

HHT H Track 874LED 3/
LHT [ Track 874 50w
JHT J/J2Track 874L 75w

LENS 1
AB Antique
(optional) Bronze

Example: LHT-874-AB or LHT-874LENS-AB

Lenses and Accessories (order Lens Ring version that holds up two lenses/accessories)

AMB  Amber UV Filter Lens LENS-16-UVF

BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR

RED  Red Beam Elongating LENS-16-BEL

YEL Yellow Honeycomb Louver ~ LENS-16-HCL

Rialto LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
System Model Watt Finish

HHT H Track 886LED 8w

LHT [ Track 886 50w AB  Antique Bronze
JHT  J/J2 Track | 886L 75W

Example: LHT-886LED-AB

Radiant LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
Lens Options: 1 lens with the use of a lens clip

%
System Model Watt Finish
HHT HTrack  856LED 81/ QE g‘l';tc’zue fronze
LHT [ Track 856 sow BN  Brushed Nickel
JHT  J/J)2 Track | 856L 75W WT  White
Example: JHT-856L-BN
Lenses and Accessories (use with lens clip)
lens clip LENS-16-CLIP
UV Filter Lens LENS-16-UVF
AMB  Amber Frosted Lens LENS-16-FR
BLU  Blue Spread Lens LENS-16-SPR
Color Lens LENS-16 GRN  Green Beam Elongating LENS-16-BEL
RED  Red Honeycomb Louver ~ LENS-16-HCL
YEL Yellow
LED Power: 8w Comparable: 35W MR16 Dimming:  100%-10% -+ MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr + 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K
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Range LED, Halogen MR16

Lamping:
Lens Options: Clear lens included

12V LED MR16, Halogen MR16 lamps up to 75W max

System Model Watt Finish
H Track
::'TT el 164LED 8w BK  Black
75W Whi
T 2 Track V84t ’ wr e
Example: LHT-164L-BK
Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

Double Droid LED, Halogen MR16

Use two 12V LED MR16, Halogen MR16 lamps

up to 35W max
Lens Options: Clear lens included

Lamping:

[}

—H

[}

I
oo M| HL &

- 7% -

System Model Watt Finish
BK Black
r:: LHTT:;CC: 817LED 38W PT/BK Platinum/Black
JHT /2 Track 817 35W PT/WT Platinum/White
WT White
Example: LHT-817-PT/BK
Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

Dune LED, Halogen MR16

/ i

« Clear lens included,
see p.419-420 for lens options

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max ﬁ 5%
. . . 7\ ) //
Lens Options: Clear lens included \/x“ g |
20"
<
System Model Watt Finish
HHT  HTrack 826LED 3/ BK Black
LHT [ Track 826 s5ow BN Brushed Nickel
JHT  J/J)2Track | 826L 75W WT White
Example: LHT-826-BN
Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF £
BLU  Blue Frosted Lens LENS-16-FR Available in |
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR monopoint ME-826 .
RED  Red Beam Elongating LENS-16-BEL See p.93 for detail. ‘
YEL Yellow Honeycomb Louver ~ LENS-16-HCL
LED Power: 8w Comparable: 35W MR16 Dimming:  100%-10% + MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr + 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K

WAC LIGHTING
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816 LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max r .
: ; . 5%
Lens Options: 1 lens with the use of a lens clip
N 3%"
19"
X
System Model Watt Finish
HHT HTrack 816LED 8w BK  Black
LHT [ Track 816 50w BN  Brushed Nickel
JHT  J/J2 Track | 816L 75W WT  White
Example: LHT-816-BN
Lenses and Accessories (use with lens clip)
lens clip LENS-16-CLIP
UV Filter Lens LENS-16-UVF
AMB  Amber | | Frosted Lens LENS-16-FR
BLU  Blue Spread Lens LENS-16-SPR
Color Lens LENS-16 GRN  Green Beam Elongating LENS-16-BEL
RED  Red Honeycomb Louver ~ LENS-16-HCL
YEL Yellow
204 LED, Halogen MR16 ¥ /f
Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max §
Lens Options: 1 lens with the use of a lens clip anS;?e"
AN A\
System Model ~ Watt  Finish 2 < 2% T
HHT HTrack  204LED 8/ BK Black )
LHT [ Track 204 sow BN  Brushed Nickel \
JHT /)2 Track | 204L 75W  WT  White |
Example: LHT-204-BK ]
Lenses and Accessories (use with lens clip) ;s
lens clip LENS-16-CLIP )
AMB  Amber g‘ggﬁ;;;:s :::x::::\f Bulb Shield Accessory (order separately)
BLU  Blue Spread Lens LENS-16-SPR
Color Lens LENS-16 GRN  Green Beam Elongating LENS-16-BEL MBS-16 /Viesh Shield BK
RED Red -16-]
VEL el Honeycomb Louver ~ LENS-16-HCL SBS-16  Solid Shield ‘BNl\.Ir
846 LED, Halogen MR16 T
Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max i 6%"
Lens Options: Clear lens included 2" ]
o
System Model Watt Finish
HHT HTrack 846LED 38/
LHT [ Tack 846 50 sv'fr %f,ffe
JHT  J/J2 Track | 846L 75W
Example: LHT-846-BK
Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL
LED Power: 8w Comparable: 35WMR16 Dimming:  700%-10% + MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr + 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K
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808 LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
Lens Options: Cear lens included

System Model Watt Finish

HHT  H Track 808LED 8/ BK  Black

LHT [ Track 808 sow DB  Dark Bronze
JHT  J/J2Track | 808L 75W WT  White

Example: LHT-808-DB

Lenses and Accessories

AMB  Amber UV Filter Lens LENS-16-UVF

BLU  Blue Frosted Lens LENS-16-FR Available in
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR monopoint ME-808

RED Red Beam Elongating LENS-16-BEL See p.93 for detail.

YEL Yellow Honeycomb Louver ~ LENS-16-HCL

809 LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
Lens Options: Clear lens included

System Model Watt Finish

HHT  H Track 809LED s8I/ BK Black

LHT [ Track 809 sow BN Brushed Nickel
JHT  J/J2 Track  809L 75W WT White

Example: LHT-809-BK

Lenses and Accessories

AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

866 Halogen MR16 T 1 T )
Lamping: 12V Halogen MR16 lamps up to 75W max i 6" g
Lens Options: 1 lens with the use of a lens clip > L = 4
3%" R 3
20"
System Model ~ Watt  Finish >
HHT HTrack
LHT L Track :g:l_ i% WT  White é
JHT  J/J2 Track =
Example: LHT-866-WT £
Lenses and Accessories (use with lens clip)
lens clip LENS-16-CLIP ‘
UV Filter Lens LENS-16-UVF
AMB  Amber | | Frosted Lens LENS-16-FR
BLU  Blue Spread Lens LENS-16-SPR
Color Lens LENS-16 GRN  Green Beam Elongating LENS-16-BEL
RED  Red Honeycomb Louver ~ LENS-16-HCL
YEL Yellow
LED Power: 8w Comparable: 35WMR16 Dimming: 100%-10% -+ MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr . 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K

WAC LIGHTING
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160 LED, Halogen MR16

12V LED MR16, Halogen MR16 lamps up to 75W max

Lamping:

Lens Options: Clear lens included

System Model Watt  Finish
HHT HTrack 160LED 3/
Black
LHT [ Track 160 500 SVKT S
JHT  J/J2 Track 160L 75W
Example: LHT-160-WT
Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

802 LED, Halogen MR16

Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max
Lens Options: Clear lens included

System Model Watt Finish

HHT  H Track 802LED sW/ BK Black

LHT [ Track 802 sow BN Brushed Nickel
JHT  J/J2Track | 802L 75W WT White

Example: LHT-802-BN

Lenses and Accessories

AMB  Amber UV'Filter Lens LENS-16-UVF
BLU  Blue Frosted Lens LENS-16-FR
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver  LENS-16-HCL
801 LED, Halogen MR16 *\
Lamping: 12V LED MR16, Halogen MR16 lamps up to 75W max 514" ——
Lens Options: Clear lens included N > i
2w g !
<
System Model Watt Finish
HHT  H Track 801LED 38/
LHT [ Track 801 50W S'VKT %‘;ffe
JHT  J/J2Track  801L 75W
Example: LHT-801-WT
Lenses and Accessories == Barn Door Accessory
AMB  Amber UV Filter Lens LENS-16-UVF F Model Finish
BLU Blue Frosted Lens LENS-16-FR n il
ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR ‘\ < 801BD 5{/{7_ ﬁl%d(
RED  Red Beam Elongating LENS-16-BEL ite
YEL Yellow Honeycomb Louver ~ LENS-16-HCL order separately
LED Power: 8w Comparable: 35W MR16 Dimming: 100%-10% + MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr + 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K
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007 LED, Halogen MR16

Lamping:

Lens Options: Clear lens included

12V LED MR16, Halogen MR16 lamps up to 75W max

System Model  Watt Finish

HHT HTrack 007LED 3/ BK  Black

LHT [ Track 007 s50w BN  Brushed Nickel

JHT  J/J2Track | 007L 75W WT  White

Example: LHT-007-WT

Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR

ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

180 LED, Halogen MR16

Lamping:

Lens Options: Clear lens included

12V LED MR16, Halogen MR16 lamps up to 75W max

<y

Framing Projector
Model Finish

BK Black
WT White

‘ 008FP

order separately

System Model Watt Finish

HHT  HTrack 180LED 38W/ BK  Black

LHT [ Track 180 50w BN  Brushed Nickel

JHT  J/J2 Track 180L 75W WT  White

Example: LHT-180-BN

Lenses and Accessories
AMB  Amber UV Filter Lens LENS-16-UVF
BLU Blue Frosted Lens LENS-16-FR

ColorLens  LENS-16 GRN  Green Spread Lens LENS-16-SPR
RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL

Framing Projector 009L Halogen MR16

Lamping: 12V Halogen MR16 lamps up to 75W max
o
System Model Watt Finish
HHT  HTrack
LHT [ Track oooL 75w ":,'fr ﬁ%ffe
JHT  J/J2 Track
Example: LHT-009L-BK *Order lamp separately

LED Power: 8w Comparable: 35W MR16 Dimming:  100%-10% - MR16 LED included with purchase of LED version
Lumens: 450 Beam: 35° Rated Life: 25,000 hr + 1 watt to 60 watt load transformer for LED
CBCP: 833 Color Temp: 3000K
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814 Halogen MR16

Lamping: 12V Halogen MR16 lamps up to 75W max
Lamp Shield 1 glass or metal shield, order separately

1 :

416"
\/ ¢
1%
7
System Model  Watt Finish
::'TT TTTSCC: 814  s0Wmax  BK Black . - |
f own in White finish with G114-WT glass
T /2 Track 814L 75W max WT White
Example: LHT-814-WT *Order lamp separately

Glass and Shield (required, order separately)

G111 G112 G113 G114

2%"W x 134"H 21L"W X 134"H 338"W x 178"H | 256"W x 212"H

00 B 0L 00
AM BL WT AM WT AM WT A;\ll BL RD WT
G115 G116

DOWX T%H AW THH

‘ . m . Shown in Black finish with G112-AM glass
BN DB

Example: G111-BL

AM-Amber, BL-Blue, BN-Brushed Nickel, DB-Dark Bronze, RD-Red, WT-White

936 AR111/PAR36 1 ] |

Lamping: 12VAR111 lamp up to 75W max or PAR36 50W 5

A
) P

System Model  Watt Finish

HHT - HTrack 936 sow BK Black

LHT L Track 9361 w WT  White

JHT /)2 Track o

Example: LHT-936L-WT *Order lamp separately

139 H/L/J TRACK | Track
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763,764,765

Back loading accommodates most LED retrofit lamp on market

LED, Halogen PAR/R

J; &

03"

763

System Model Lamp Finish

HTK H Track 763 LED BR20 7.5W, LED PAR20 10.3W |BK Black

LTK [ Track 764 LED BR30 14W, LED PAR30 14.6W |BN Brushed Nickel
JTK  J/J2 Track | 765 LED BR40 17W, LED PAR3817.8W |WT White

Example: HTK-763-WT

*Order lamp separately

725 Halogen PAR20/R20

Lamping: 120V Halogen PAR20,R20 up to 60W max

DN
Y 5( L
27/8" \/
System Model Finish
HTK H Track
LTK L Track 725 SVKT ﬁﬁffe
JTK /)2 Track

Example: LTK-725-WT

*Order lamp separately

Shown HTK-764-WT with BR3OLED-11N27-WT LED lamp

703 LED, Halogen PAR30/BR30

Lamping: LED BR30 14W, LED PAR30 14.6W, see p.344 for order details

or Halogen 120V PAR30, BR30 100W max

System Model  Finish

HTK H Track

LTK [ Track 703 \?v'fr %foe
JTK /)2 Track

Example: HTK-703-BK

*Order lamp separately

LED Lamps

Model Type Finish
PAR20LED-10N30  PAR20 BK
PAR3OLED-L14N30  PAR30 wT
BR20LED-7N27 BR20 wT ‘
BR30OLED-11N27 BR30

WAC LIGHTING
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720, 730, 738 Halogen PAR20/R20/PAR30/PAR38/BR40

T T ]

6%" 73" ou"
Nl N2 o
o W 4% 1 5" 1
3" 49" g U 6Y2
N AV 5% N \/

720 730 738

System Model Lamp Finish

HTK H Track 720 PAR20 50W BK  Black

LTK [ Track 730 PAR30 75W WT White

JTK  J/J2Track 738 PAR38 150W

Example: LTK-738-BK *Order lamp separately

178 Universal Medium Base

Lamping: LED BR20/30/40, LED PAR20/30/38, see p.344 for order details
or Halogen 120V A, BR, G, PAR20/30/38 50W max
Lens Options: 1 lens with the use of a lens clip, PAR lamps only

System Model Finish

HTK  HTrack BK Black

LTK [ Track 178 BN  Brushed Nickel

JTK  J/J2 Track WT White

Example: LTK-178-BN *Order lamp separately

LED Lamps

Model Type Finish

PAR20LED-10N30 PAR20 BK Barn Door (order separately)
PAR30OLED-L14N30  PAR30 WT Model Finish
PAR38LED-17N30 PAR38 PAR20BD |BK Black
BR20LED-7N27 BR20 WT PAR30BD BN Brushed Nickel
BR3OLED-11N27 BR30 PAR38BD |WT White

188 Universal Medium Base

Lamping: LED BR20/30/40, LED PAR20/30/38, see p.344 for order details T e '
or Halogen 120V A, BR, G, PAR20/30/38 50W max 296"
Lens Options: 1 lens with the use of a lens clip, PAR lamps only °

System Model  Finish X /

HTK  HTrack BK Black _—

LTK  LTrack 188 BN Brushed Nickel "}

JTK /)2 Track WT  White a;?

Example: LTK-188-WT *Order lamp separately

LED Lamps

il 1792 s Shown with BR3OLED-11N27-WT LED lamp

PAR20LED-10N30 PAR20

PAR3OLED-L14N30  PAR30 BK Barn Door (order separately)

PAR38LED-17N30 PAR38 wr Model Finish

BR20LED-7N27 BR20 WT PAR20BD |BK Black

BR3OLED-11N27 BR30 PAR30BD |BN Brushed Nickel
PAR38BD |WT WWhite
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Radiant Halogen

]

6%"

PAR20/PAR30/PAR38

]

734"

v R 5o
AV 6" <
3" 438" s T 67"
< N 59 1
AV
773 774 775
System Model Lamp Finish
HTK HTack 773 PAR2050W max Q: glr;tc’zue pronze
LTK [ Track 774 PAR30 75W max BN Brushed Nickel
JIK  J/J2Track | 775 PAR38 150W max WT White
Example: HTK-774-BN *Order lamp separately

Studio Halogen PAR20/PAR30/PAR38

81/‘2" 10%"
/
N\ /
63" N
" V% 614"
2% h 434" /
AN
713 733
System Model  Lamp Finish
HTK HTrack PAR20 50W max
LTK [ Track 73 PAR30 75W max |BK Black

JTK /)2 Track 733

PAR38 150W max

WT White ‘

Example: HTK-713-BK

*Order lamp separately

150 Quartz J-150-S

Lamping: 120V J-150-S 150W max

2
< >

534n AV 3%" -

System Model Finish

HTK H Track

LTK [ Track 150 \?vlfr %thke
JTK J/J2 Track

Example: LTK-150-BK

WAC LIGHTING

Shown HTK-774-BN with PAR30 75W Halogen lamp

Shown HTK-713-BK with PAR20 50W Halogen lamp
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Rialto Halogen PAR20/PAR30

\
NCS P \/ j/g'

Ve A
S /}1/2.. \1 . 64"
aw 2
NV N
793 794
System Model Lamp Finish
HTK HTrack Shown HTK-794-AB with PAR30 75W Halogen lamp

LTK [ Track ;:z Z‘\gjg gggvv r:sx AB Antique Bronze
JTK  J/J2 Track “
Example: LTK-794-AB *Order lamp separately 90° vertical aiming

« Fully enclosed back to prevent light leaks

« 360° horizontal rotation and

Caribe Halogen PAR20 —1
Lamping: Halogen 120V PAR20 50W max > 8%"
Lens Options: Up to 2 lenses using optional lens ring v

; 5%"
3% < ot

System Model LensRing Finish
HTK H Track
LTK [ Track 797 LENS optional | AB
JTK /)2 Track

Example: LTK-797-AB or LTK-797LENS-AB

Antique
Bronze

*Order lamp separately

Lenses and Accessories s (order Lens Ring version that holds up two lenses/accessories)

AMB  Amber

BLU Blue Frosted Lens LENS-20-FR
ColorLens  LENS-20 GRN  Green Spread Lens LENS-20-SPR

RED  Red Beam Elongating LENS-20-BEL

YEL Yellow

Shown HTK-798-AB with PAR30 75W Halogen lamp

Caribe Halogen PAR30 ‘
Lamping: Halogen 120V PAR30 75W max \9%3"
Lens Options: Up to 2 lenses using optional lens ring < 6V”/ ‘
A
4%"\/ \/ 1
System Model LensRing Finish
HTK H Track Antiaue
LTK L7rack 798 LENS oprional AB Y
JTK  J/J2 Track ronze Shown with optional
lens ring and cross louver
Example: LTK-798-AB or LTK-798LENS-AB accessog,y
*QOrder lamp separately
Lenses and Accessories ) .
« Spun and cast aluminum construction
AMB  Amber o . .
BLU Blue || CrossLouver LENS-30-CRL » 360° horizontal rotation and
ColorLens  LENS-30 GRN  Green Frosted Lens LENS-30-FR 90° vertical aiming
RED  Red Spread Lens LENS-30-SPR .
YEL  Yellow « Fully enclosed back to prevent light leaks
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103 LED, Halogen GU10

Lamping: LED8W

or 120V GU10 50W, included

System Model  Watt  Finish

HTK H Track 103LED SW/ BK Black

LTK [ Track 103 50w DB Dark Bronze
JTK  J/J2 Track WT  White

104 LED, Halogen GU10

Example: HTK-103LED-DB

Lamping: LED8W
or 120V GU10 50W, included
System Model Watt  Finish
HTK H Track 104LED 8/ BK  Black
LTK [ Track 104 SOW DB  Dark Bronze
JTK  J/J)2 Track WT  White
Example: LTK-104LED-WT
]
|
] T.._J
Fy

101 Halogen GU10 ? 102 Halogen GU10
Lamping: 720V GU10 50W, included \ 6" Lamping: 120V GU10 50W, included '
\
A "
s -
3% 2%" o 3
System Model _Watt IF\I:’:S;:K Amber/Black System Model Watt Finish
HTK H Track AM/WT Azb:/wﬁre HTK H Track
LTK L[Track 101 50W : LTK L[Track 102 50W WT/WT White/White
K /2 Track WT/BK  White/Black K /2 Track
WT/WT  White/White

Example: LTK-101-AM/BK

Example: LTK-102-WT/WT

LED Power:

Lumens:
CBCP:

5174
470
877

Comparable: 35WMR16
Beam: 35°
3000K
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Color Temp:

Dimming:
Rated Life:

100% - 10%
25,000 hours

of LED version

« GU10 LED included with purchase




701 PAR20

Lamping: 720V A/PAR20/R20 order separately

81/2"
. e
3‘y2" . / 61/8"

System Model  Finish
HTK H Track

LTK LTrack | 701 SVKT %foe
JTK  J/J2 Track

Example: HTK-701-WT

764-39/70E HID

Lamping: 7120V CDM PAR30L 39W, 70W, order separately

System Model Watt Finish

HTK /i Track 39E 39/ BK  Black
LTK [ Track 764 70E 700 WT  White
JTK  J/J2 Track !
Example: LTK-764-39E-WT *Order lamp separately
765-70E HID

Lamping: 7120V CDM PAR38 70W, order separately

System Model Watt Finish

HTK H Track

LTK L[Track  765-70E 70W/ SVKT %‘;ffe
JTK  J/J2 Track

Example: LTK-765-70E-BK *Order lamp separately

WAC LIGHTING

o 10%"
QT .
~ > 57" |
455"

- Ideal for retail spot lighting applications
« Integral electronic ballast

- Front loading for convenient re-lamping
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Vamp HID Track Luminaires

HID202A - Adjustable

7‘ =,

)
15°- 30° Adjustable beam angle on fixture /%\ 11%6" “ 1
Lamping: HID CDM T4, 20W/39W/70W A \ > £y
Lens Options: Up to 3 filter lenses and 1 accessory 5" p X L 6%" 1.4
S D
Track Type Model Power Finish e é‘” )
HTK H Track 20E 20w BK Black A
LTK [ Track HID202A | 39E 39w WT  White
JTK  J/J2 Track 70E 70W
Example: LTK-HID202A-20E-WT *Order lamp separately
Lenses and Accessories
AMB  Amber .
o BLU gue | pritertens LENSANUNE 1 Cross louver  LENS-111-CRL o '
leps LENS-111 |GRN  Green ||~ LENS-111.spR | | Honeycomb  LENS-111-HCL = ~ | Patent Pending
RED Red P ) Snoot LENS-111-SNOOT p- "~ | Beam Adjustment Control
YEL  Vellow Beam Elongating LENS-111-BEL o i

8111 e

Vamp HID202 T ‘

Lamping: HID CDM T4 7_’{
Lens Options: Up to 3 filter lenses and 1 accessory S/ %& - 12"
) < 7
/A‘\VN 6%"
2 \/ . \//
Track Type Model  Beam Power Finish
HTK  HTrack s 15° 20E 200
o BK Black
LTK L Track HID202 N 25 39E 390 WT  White
JTK /)2 Track F 40° 70E 70W
Example: JTK-HID202N-70E-BK *Order lamp separately

Lenses and Accessories

AMB Amber .
BLU gle | UVfltertens  LENS-30-UVE - ) ver LENS-30-CRL
Color Frosted Lens LENS-30-FR
LENS-30 | GRN Green Honeycomb  LENS-30-HCL
Lens Spread Lens LENS-30-SPR
RED Red Beam Elonaating  LENS-30-BEL Snoot LENS-30-SNOOT
YEL  Vellow gating
= |
Vamp HID220 —
5
Lamping: HID CDM PAR20 %
Lens Options: Up to 3 filter lenses and 1 accessor: V 4
P P Y YO ew 1
3% KN
Track Type Model Power Finish

HTK H Track
LTK L Track HID220
JTK J/J2 Track

20E 20W BK  Black
39E 39w WT  White

Example: HTK-HID220-20E-WT *Order lamp separately 4
(O
Lenses and Accessories N \; ~
S
AMB Amber .
BLU e || CVAltertens  LENS-200UVE 11 ) ver LENS-20-CRL
Color Frosted Lens LENS-20-FR
LENS-20 | GRN Green Honeycomb  LENS-20-HCL
Lens Spread Lens LENS-20-SPR
RED Red . Snoot LENS-20-SNOOT
Beam Elongating LENS-20-BEL
YEL  Yellow
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Spring-lock Push button Clean architectural design Locking adapter for secure
horizontal adjustment vertical aiming with concealed wiring connection to track

Ideal for retail applications - Threaded lens cap is easily removed for simple
Accommodates up to 3 filter lenses and 1 accessory front load re-lamping

Color Lenses, Filter Lenses, Beam Control Accessories + Die-cast aluminum construction

350° horizontal rotation and 90° vertical aiming - Engineered for use with our W Track or H, L, J/J2 Track systems

Lockable aiming with indexing scale in 10° increments

WAC LIGHTING H/L/J TRACK | Track




Select by Lamp Type Low Voltage Fixtures

LED
Power MaxLumens Max CBCP System Model Beam Color Temp Finish Features Full Specs
« ANSI Compliant LED Bins
927 2700K « Color lenses, Filter lenses
1750 =y LED512 s 19° 27  2700K BK CRI: Up to 90
g WTK 720V R 930 3000K
23.5W | 1 WHK 277V LED522 N 24 30 3000K PT p.106
28 \! LED532 F 36 35 oo WT
40 4000K
« Energy Star® rated
WTK 120V :5 - CRI:85
WHK 277V s 120 |27 2700K Wt
23W | 1845 18,049 LED23 N 24° 30 3000K p.107
38W | 3080 24,767 LED40 F 36° 35 3500K p.121
H E  19°x32° 40  4000K gk
L 120V
WT
J
BK |° Energy Star® rated
WTK 720V pr - CR:85
WHK 277V 27  2700K wT
S 20° 30  3000K p.109
25W | 1525 5868 » LED25 E 1° 35 3500K p.122
40 4000K BK
L 120V wT
J
« Energy Star® rated
« ANSI Compliant LED Bins
H 27  2700K BK Color lenses, Filter lenses
(114 LED9 S 10° WW  3000K « CRI: 85
18W :' 20 D18 F  25° 35 3500K 5v'\'lr p-123
CW  4500K
« Energy Star® rated
« ANSI Compliant LED Bins
27  2700K BK ° Color lenses
WTK 720V S 20° 30 3000K . Filter lenses
17W | 1125 3780 WHK 277V LED17 F 45° 35 3500K PT . p.111
WT - CRE8S
40 4000K
« Energy Star® rated
v WTK 120V BK |+ ANSI Compliant LED Bins
. | WHK 277V PT « Color lenses
=N 27 2700k |WT |, Filter lenses
3 S 10° 30 3000K « CRI: 85 p.111
27W | 1890 7455 f‘ )l LED27 F 45° 35 35004 p.123
' H 40 4000K | BK
L 120V BN
J WT
« Energy Star® rated
BK « Color Lenses, Filter Lenses,
WIK 120V PT Beam Control Accessroies
WHK 277V WT
27 2700K (p-343)
ALY S 20° 30 3000K + CRI: 85 p.112
23W | 1450 6772 P, | LED20 F 40° 35  3500K p127
et H 40  2000K
BK
:. 120V WT

BK-Black, BN-Brushed Nickel, WT-White
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Select by Lamp Type Low Voltage Fixtures

LED
Power Max Lumens Max CBCP System Model Beam Color Temp Finish  Features Full Specs
« Low profile, extends
only
H 2" from track
14W | 935 CE— | 120V LED110W WW  3000K BK « Adjustable beam angle 126
27W | 1990 LED210W CW 4000k WT .(ppgs p-
J
» Energy Star® rated
WTK 7120V » Wall Wash
WHK 277V asymmetrical
27 2700K BK distribution
30  3000K . p.113
—_— - + CRI: 85
42W | 2540 LED42W 35 3500K ‘I;I'T 0.125
H 40  4000K
L 120V
J
« Replaceable Cree
027  2700K multi-chip module
i 27 2700k « Barn door, Framing
H BK ;
s 20 9W  3000K projector
14W | 951 4481 pi _I; 120V | LED810 F 400 WW 3000k ‘l;)\ﬁr « CRI: Up to 90 p.129
35 3500K
CW  4000K
« Replaceable Cree
927 2700K multi-chip module
H ) 27 2700K BK « Barn door, Framing
23W | 1366 6048 L 120V | LED820 S 200 SW - S000K DB projector p.129
F 40 WW  3000K .
J wWT « CRI: Up to 90
35 3500K
CW  4000K
« Replaceable Cree
927 2700K multi-chip module
H 27  2/00K « CRI: Up to 90
s 20 9W  3000K AB
14W | 1070 5766 :. 120V | LED710 F 400 WW 3000k AN p.131
35 3500K
CW  4000K
« Replaceable Cree
927 2700K multi-chip module
H 27  2700K BK + CRI: Up to 90
s 20 9W  3000K
14W | 1014 4843 -Il. 120V | LED610 E a0 WW 3000k ‘I;"vh.lr p.130
35 3500K
CW  4000K
« Can be used to project
images, signs, and
- j 927  2700K corporate logos
: A AR
22W | 143 .I’. 120V | LEDO0O9 WW 3000 WT p.128
- 35 3500K
CW  4000K

AB-Antique Bronze, AN-Antique Nickel, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, WT-White

WAC LIGHTING
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Select by Lamp Type Low Voltage Fixtures

LED Low Voltage

Power  Lumens CBCP System Model ColorTemp  Finish Features Full Specs

- 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper

", HHT lamp fit
LHT 120V 164LED  3000K ‘?VKT . CRI: 85 0134
JHT » LED lamp included

i

8W | 450 850

<

« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper

HHT lamp fit
8W | 450 850 LHT 120V | 886LED | 3000K AB « CRI: 85 p.133
JHT « LED lamp included

« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper

HHT lamp fit
8W | 450 850 LHT 120V | 874LED | 3000K AB « CRI: 85 p.133
JHT « LED lamp included

- 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper

HHT AB lamp fit
8w 450 | 850 LHT 720/ 856LED  3000K :ﬁ . CRI: 85 p.133
JHT WT « LED lamp included
« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W |2x360 |850 LHT 120V | 817LED | 3000K PT/BK |, CRI: 85 p.134
JHT PT/WT « LED lamp included
wWT
« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 720V 826LED 3000K BN « CRI: 85 p.134
JHT WT « LED lamp included
« 1 watt to 50watt load transformer
« Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 120V | 816LED | 3000K BN « CRI: 85 p.134
JHT WT « LED lamp included
« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 120V | 808LED | 3000K DB « CRI: 85 p.134
JHT WT » LED lamp included

AB-Antique Bronze, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, PT/BK- Platinum/Black, PT/WT- Platinum/White, WT-White

1 Track For up to date product specifications and assistance please visit WAC LIGHTING.COM




Select by Lamp Type Low and Line Voltage Fixtures

Power Lumens CBCP System Model Color Temp  Finish Features Full Specs
« 1 watt to 50 watt load transformer
- Fixtures specifically designed to ensure proper
\ J HHT lamp fit
8w |450  |8s0 U LHT 120/ 160LED  3000K :,'fr . CRI: 85 p.137
! JHT « LED lamp included
« 1 watt to 50 watt load transformer
‘ « Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 120V 180LED  3000K BN « CRI: 85 p.138
JHT WT « LED lamp included
- 1 watt to 50 watt load transformer
i 8 j « Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 120V | 809LED | 3000K BN - CRI: 85 p.136
JHT WT « LED lamp included
« 1 watt to 50 watt load transformer
- Fixtures specifically designed to ensure proper
HHT BK lamp fit
8W | 450 850 LHT 120V 802LED 3000K BN « CRI: 85 p.137
JHT WT « LED lamp included
« 1 watt to 50 watt load transformer
« Fixtures specifically designed to ensure proper
¢ HHT BK lamp fit
8W | 450 850 LHT 120V 204LED 3000K BN « CRI: 85 p.135
JHT WT « LED lamp included
« 1 watt to 50 watt load transformer
1 Jr « Fixtures specifically designed to ensure proper
[y HHT BK lamp fit
8W | 450 850 l\ LHT 120V | 801LED | 3000K WT « CRI: 85 p.137
".‘,-g JHT « LED lamp included
- 1 watt to 50 watt load transformer
f - Fixtures specifically designed to ensure proper
T mHT BK lamp fit
8W | 450 850 '_ml LHT 120V 007LED | 3000K BN « CRI: 85 p.137
‘:) JHT WT 6D lamp included

BK-Black, BN-Brushed Nickel, DB-Dark Bronze, WT-White
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Select by Lamp Type LED and HID Fixtures

LED Line Voltage
« GUTOLED included
« Lamp comes pre-installed in fixture
HTK BK . . .
« Fixtures specifically designed to ensure proper
8W 470 900 LTK 120V | 103LED | 3000K DB I f p.145
JTK wT amp fit
-« CRI: 85
« LED lamp included
» GUTOLED included
- « Lamp comes pre-installed in fixture
.:‘ HTK BK « Fixtures specifically designed to ensure proper
8W 470 900 = LTK 120V | 104LED | 3000K DB p.145
" wr  lameit
T - CRI:85
« LED lamp included
HID PAR20
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
w;ll(( ;igg « Accommodates 3 filter lenses and 1 accessory.
200 980 12000 HID220-20E |B)'I: go;orl/enses, filter lenlses, beam control (p.343) p.114
- « Order lamp separate
9w 2000 16000 LTK HID220-39E WT p sep y p.147
HTK 720V
JTK
HID PAR30
- « Metal construction
LTK BK « Beam spreads from 10°to 60°
sow 2200 42000 HTK 720V 764-39E PT/BK Order lamp separatel 146
70w 5000 66000 Py 764-70E PT/WT p separatey P
- JTK
& WT
HID PAR38
« Metal construction
BK
LTK 120V PT/BK ° Beam spreads from 10°to 60°
70W 4100 42000 HTK 277V 765-70E PTJWT + Orderlamp separately p.146
JTK
WT
HID T4
Power lumen CBCP System Model # Beam Power Finish  Features Full Specs
« Die-cast aluminum
WTK 71207 construction
' WHK 277v « Accommodates 3 filter lenses
20W 1800 f‘ 20E | BK and 1 accessory. Color lenses, | | 114
39w 3300 65000 - HID202A 39E  PT filter lenses, beam control z'147
70W 6400 LTK 70E  WT (0.343)
HTK 120V « Order lamp separately
JTK
« Die-cast aluminum
w-ll-lll(( ;i(% construction
20W 1800 s 15° | 20E BK « Accommodates 3 filter lenses 2
39w 3300 32000 HID202 N 25° 39 PT  dndlaccessory.Colorlenses, P
70W 6400 LTK F 40° 70E |WT filter lenses, beam control p.147
HTK 720V (p.343)
JTK « Order lamp separately

BK-Black, PT-Platinum, PT/BK-Platinum/Black, PT/WT-Platinum/White, WT-White

Track

For up to date product specifications and assistance please visit WAC LIGHTING.COM




Select by Lamp Type Low Voltage Fixtures

MR16
Power Max lumen Max CBCP System  Model # Finish Features Full Specs
» Machined brass and spun aluminum
« Traditional decorative design
LHT « Electroplated 3 step antique finish
50Wmax | 970 4400 874-LENS .
J5Wmax | 1410 84000 HHT 874L-LENS AB « Color lenses, Filter lenses, Louvers (p.343) p.133
JHT « Order lamp separately
» Machined brass detail
« Traditional decorative design
« Electroplated 3 step antique finish
S0Wmax 970 4000 II:I|;I-I-; 886 AB « Order lgm se, araiel ! 133
75Wmax | 1410 14000 886L p separately p-
JHT
« Die-cast aluminum construction
« Lock and release push button aiming
LHT BK « 10°interval marks for precise aiming
75Wmax | 1410 9000 HHT 164L wT « Color lenses, Beam control lenses, p.134
JHT Filter lenses, Louvers, Hood (p.343)
» Order lamp separately
» Die-cast aluminum construction
» Silicon hot aiming sleeve
— LHT BK « Color lenses, Filter lenses, Honeycomb Louver
2x35W PT/BK
2x710 |3000 HHT 817 (p.343) p.134
max @ PT/WT
JHT « Order lamp separately
WT
+ Die-cast aluminum construction
| « Features an etched glass shade
’ ; LHT « use with lens clip
50Wmax |970 4400 T 866 .
ZSWmax | 1400 14000 [ HHT 866L WT « Color lenses, Filter lenses, Honeycomb Louver p.136
Jy JHT (p.343)
«» Order lamp separately
« Die-cast aluminum construction
« Built in hot aiming adjustment knob
LHT « Color lenses, Filter lenses, Honeycomb Louver
50Wmax |970 4500 HHT 846 BK (0.343) 135
75Wmax | 1400 13000 846L wT P p:
JHT « Order lamp separately
+ Die-cast aluminum construction
» Ball and joint style adjustment
« Hot aiming wand
s0Wmax | 970 4000 II:IT-I:' 816 :: « use with legns cli 135
75Wmax | 1400 12000 816L P p:
JHT wT « Color lenses, Filter lenses, Honeycomb Louver
(p-343)
« Order lamp separately
« Die-cast aluminum construction
« Screw and swivel yoke for precise aiming
cow 070 4500 LHT 809 BK « Round fixture with mesh back vent
max .
75Wmax | 1400 11000 HHT 809L BN « Color lenses, Filter lenses, Louvers (p.343) p.136
JHT wWT « Order lamp separately

For additional MR16 spot light options, using a 120V Track adapter, see Quick Connect™ selection

AB-Antique Bronze, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, PT/BK-Platinum/Black, PT/WT-Platinum/White, WT-White
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Select by Lamp Type Low Voltage Fixtures

MR16
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
« Screw and swivel yoke for precise aiming
LHT BK « Square fixture with mesh back vent
50W max 970 4400 802 .
750 max 1410 14000 HHT 802L BN « Color lenses, Filter lenses, Louvers (p.343) p.137
JHT wT « Order lamp separately
« Die-cast aluminum construction
« Screw and swivel yoke for precise aiming
« Available framing projector
S0W max 970 4400 II:I|-I!I-I-T 007 :n accessor (008FP£jp ' 138
75Wmax | 1410 14000 007L Y p:
JHT WT « Color lenses, Filter lenses, Honeycomb louver
(p.343)
« Order lamp separately
« Framing projector fixture
1 . . .
» Die-cast aluminum construction
/ i LHT BK « Adjustable metal shims for framing control
75W max 1410 14,000 L & HHT 009L WT + Accepts two gobos p.138
\’\\ JHT « Custom Gobos
-’ « Order lamp separately
« Die cast aluminum construction
» Screw on lens cap
« Loop back provides for easy aimmin
20w max 970 4400 ;:Tr 826 g: . Co/c!;r lensei Filter lenses, /-i/one comgb Louver 134
75Wmax | 1410 14000 826L ' v roney p-
JHT wT (p.343)
« Order lamp separately
« Die-cast aluminum construction
« Screw and swivel yoke for precise aiming
—— AB .
« Fully enclosed back prevents light leaks
20w max 970 4400 A ] II:II.IEI.I-T 856 BK . useJ\//vith lens cli ’ ’ 133
75Wmax | 1410 14000 i 856L BN P p:
4 f JHT WT « Color lenses, Filter lenses, Honeycomb Louver
' (p.343)
» Order lamp separately
« Die-cast aluminum construction
« Multiple glass and shield options
i « Order lamp separatel
50W max 970 4400 ” h:TT 814 BK peep 4 139
75Wmax | 1410 14000 814L wT p.
JHT
«» Metal construction
« Screw and swivel yoke for precise aiming
« Recessed lamp for minimal glare
20w max 970 4400 II:II.I!ITI' 808 glé « Color lenses, Iglter lenses, ane comb Louver 136
75Wmax | 1410 14000 808L ' » Honey p.
JHT WT (p.343)
» Order lamp separately
« Metal construction
+ 350° horiz. rotation and 180° vert. aiming
« Gimbal ring fixture creates an open look
20w max 970 4400 II:I:TT 180 :: «» Color lensei Filter lenses, Hone pcomb Louver 135
75Wmax | 1410 14000 180L ' » Honey p.
JHT WT (p.343)
« Order lamp separately

For additional MR16 spot light options, using a 120V Track adapter, see Quick Connect™ section (p.165-170)

AB-Antique Bronze, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, WT-White

155 Track

For up to date product specifications and assistance please visit WAC LIGHTING.COM




Select by Lamp Type Low Voltage Fixtures

MR16
Power lumen CBCP System  Model # Finish Features Full Specs
» Metal construction
« Flexible cable arm for easy aiming
LHT BK » Solid and mesh bulb shield accessories
50Wmax | 970 4400 204 . .
75Wmax | 1410 14000 HHT o4l BN - use with fens clip p.135
JHT WT - Color lenses, Filter lenses, Honeycomb Louver
(p.343)
+ Order lamp separately
» Metal construction
« Close to ceiling, low profile look
- LHT « Vertical aiming lock
inggi ?Z(])O ;}jggo n; :':-'I'I_I-_r ::gL svlfr . Z)o;c;;l)enses, Filter lenses, Honeycomb Louver | p.137
« Order lamp separately
« Metal construction
« Available barn door accessory
cow 070 100 LHT 801 BK « Powder coat paint finish
max . .
« Barn D 801BD) opti labl
75Wmax | 1410 14000 HHT — so1L wT o boor ) option available p137
JHT « Order lamp separately
« Die-cast aluminum construction
-— « Ball ahd‘jointstyle adjusltment ‘
LHT BK « Hot aiming wand use with lens clip
50Wmax | 970 4400 816 .
=, HHT BN » Color lenses, Filter lenses, Honeycomb Louver | p.135
75Wmax | 1410 14000 816L
JHT WT (p.343)
+ Order lamp separately

For additional MR16 spot light options, using a 120V Track adapter, see Quick Connect™ section (p.165-170)

AR111/PAR36 Low Voltage
Power lumen CBCP System Model # Finish Features Full Specs
» Metal construction
« Locking tension knob for vertical aiming
« Order | tel
50W max 650 17800 hi:l.:' 936 BK reriampseparaey 139
75W max 23500 J@ JHT 936L wT p-

BK-Black, BN-Brushed Nickel, WT-White
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Select by Lamp Type Line Voltage Fixtures

PAR20
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
/I « Lockable precision aiming
LTK BK « Powder coat paint finish
50Wmax | 550 1200 r-, HTK 713 « Order lamp separatel p.142
WT p sep y
f-\ JTK
« Machined brass and spun aluminum
« Traditional decorative design
LTK « Electroplated 3 step antique finish
50Wmax | 500 1000 HTK 797-LENS AB « Color lenses, Filter lenses, Honeycomb Louver p.143
JTK (0.343)
« Order lamp separately
« Machined brass detail
« Traditional decorative design
LTK - Electroplated 3 step antique finish
50Wmax | 500 1000 HTK 793 AB - Order lamp separately p.143
JTK
« Die-cast aluminum construction
« Lockable aiming screws for precise control
1 AB
e LTK BK « Order lamp separately
50Wmax | 500 1000 HTK 773 BN p.142
JTK WT
« Die-cast aluminum construction
r - Locking tension knob for vertical aiming
LTK BK « LED lamp available (p.344)
50Wmax | 500 1200 Q HTK 720 « Order lamp separatel p.141
3 WT p sep y
/ JTK
« Metal construction
?TJ « Fully enclosed back prevents light leaks
3 LTK BK - Order lamp separately
50Wmax | 500 1000 HTK 725 p.140
4 ) WT
! JTK
d
« Metal construction
« Front loading gimbal ring
| LTK BK « Lockable aiming screws for precise control
50Wmax | 500 900 Q HTK 763 BN « LED lamp available (p.344) p.140
i JTK wT « Order lamp separately
« Metal construction
« Lockable vertical aiming
LTK BK - Adjustable socket depth
50Wmax | 500 1000 HTK 178 BN « Barn door (p.343) p.141
JTK wT « Order lamp separately
« Metal construction
« Lockable vertical aiming
LTK BK « Adjustable socket depth accommodates various
50Wmax | 500 1000 HTK 188 BN lamp types p.141
JTK WT « Barn door (p.343)
« LED lamp available (p.344)
« Order lamp separately

AB-Antique Bronze, AN-Antique Nickel, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, WT-White

For up to date product specifications and assistance please visit WAC LIGHTING.COM



Select by Lamp Type Line Voltage Fixtures

PAR30
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
" « Lockable precision aiming
i « Powder coat paint finish
LTK BK
75Wmax | 600 6000 HTK 713 + Order lamp separately p.142

JTK wr

+ Machined solid brass construction
« Traditional decorative design

LTK « Electroplated Antique finishes
HTK 798-LENS AB « Color lenses, Filter lenses, Honeycomb Louver p.143
JTK (p.343)

« Order lamp separately

75Wmax | 1000 9000

« Machined solid brass construction
« Traditional decorative design

LTK « Electroplated Antique finishes
HTK 794 AB « Order lamp separately p.143
JTK

75Wmax | 1000 9000

« Die-cast aluminum construction

« Lockable aiming screws for precise control
LTK QE « Order lamp separately
75Wmax | 1000 9000 HTK 774 p.142

« Locking tension knob for vertical aiming

LTK « LED lamp available (p.344)
HTK 730 \I:IISI' « Order lamp separately p.141
JTK

JTK BN
« Die-cast aluminum construction
75Wmax | 1000 9600 b

WT
| « Fully enclosed backing prevents light leaks

LTK « Phenolic baffle to reduce glare
HTK 703 :"fr « LED lamp available (p.344) 0.140
JTK « Order lamp separately

« Metal construction

100W max | 6000 20000

« Metal construction
« Front loading gimbal ring
LTK BK « LED lamp available (p.344)

HTK 764 BN « Order lamp separately p.140
JTK WT

75Wmax | 1000 9000

« Metal construction

« Lockable vertical aiming
« Adjustable socket depth accommodates various
LTK BK lamp types
150W max | 1400 4000 HTK 178 BN p.141
JTK WT « Barn door (p.343)

« LED lamp available (p.344)
« Order lamp separately

AB-Antique Bronze, AN-Antique Nickel, BK-Black, BN-Brushed Nickel, DB-Dark Bronze, WT-White

WAC LIGHTING
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Select by Lamp Type Line Voltage Fixtures

PAR38
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
N LTK BK « Lockable precision aiming
150W max | 1300 4500 ' HTK 733 WT « Powder coat paint finish p.142
f"' JTK « Order lamp separately
« Die-cast aluminum construction
& LTK Q: « Lockable aiming screws for precise control
150W max | 1300 4500 HTK 775 BN « Order lamp separately p.142
JTK wT
- « Die-cast aluminum construction
" - LTK BK « Locking tension knob for vertical aiming
150W max | 1300 w00 _‘. ) .|I-I'I-'r|z( 738 wT « Order lamp separately p141
i « Metal construction
LTK BK « Lockable aiming screws for precise control
150W max | 1300 4500 r‘ 1 HTK 765 BN « LED lamp available (p.344) p.140
e 4 ITK wr « Order lamp separately
« Metal construction
LTK BK « Lockable vertical aiming
150W max | 1300 4500 HTK 178 BN « Fixed position socket p.141
JTK WT « Barn door (p.343)
« Order lamp separately
« Metal construction
LTK BK « Lockable vertical aiming
150W max | 1300 4500 | HTK 188 gI; « Barn door (p.343) p.141
JTK wT « LED lamp available (p.344)
« Order lamp separately
Quartz
Power lumen CBCP System Model # Finish Features Full Specs
« Die-cast aluminum construction
LTK + Ball and hub style aiming
150W 2500 HTK 150 BK « Lamp included p.142
JTK wr
GU10
Power lumen CBCP System  Model # Finish Features Full Specs
« Metal construction with glass shade
LTK :mxvlfl' « Size of an MR16 fixture, with no transformer
50Wmax | 400 700 ) HTK 101 WT/BK |° Order lamp separately p.145
& Tk WT/WT
£ 7K AM/BK |° Metal construction with g'lass shade
AM/WT * Size of an MR16 fixture, with no transformer
50Wmax | 400 700 ‘I__‘ .ll-lTT'i( 102 WT/BK |- Orderlamp separately p.145
WT/WT
« Metal construction
= LTK BK « Lockable aiming screw for precise control
50Wmax | 400 700 ) HTK 103 DB « Size of an MR16 fixture, with no transformer p.145
\a JTK wt » Order lamp separately
« Metal construction
LTK BK « Size of an MR16 fixture, with no transformer
50Wmax | 400 700 HTK 104 DB « Yoke mounted, gimbal ring adjustment p.145
JTK wr « Order lamp separately

AB-Antique Bronze, AM/BK-Amber/Black, AM/WT-Amber/White, BK-Black, BN-Brushed Nickel, WT-White, WT/BK-White/Black, WT/WT-White

159 Track For up to date product specifications and assistance please visit WAC LIGHTING.COM




Quick Connect™ Pendants and Fixtures .

Refer to page numbers for specifications and ordering information. Order one Quick Connect™ track adapter per pendant or fixture used.
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Lamps LED

Power: 8w CRI: 85
MR16 Base: GU5.3 Dimming: 100% - 10%
Model Finish > ”; Voltage: 12V Life: 25,000 hours
‘ MR16LED-BAB ‘ SV'SI' ‘ 3 @ Lumens: 450 Dimensions: 72" % 15/6"
Color Temp: 3000K
Power: <174 CRI: 85
GuU10 Base: GU10 Dimming: 100% - 10%
Model Finish 78 Voltage: 120V Life: 25,000 hours
GU10LED-BAB \?Vlfl' : E% Lumens: 470 Dimensions: D" x 2Vig"
» Color Temp 3000K
Power: 10.3W CRI: 85
PAR20 N J‘fr“r:_-u..{'-gi-er~ Base: med Dimming: 100% - 20%
Model Finish '{ 55 Voltage: 120V Life: 25,000 hours
PAR20LED-10N30 SVKT TN "-: ) Lumens: 450 Dimensions: 015" 37"
Color Temp: 3000K
Power: 14.6W CRI: 85
PAR30 Base: med Dimming: 100% - 20%
Model Finish Voltage: 120V Life: 25,000 hours
PAR30LED-L14N30 \?Vlfl' ‘ Lumens: 600 Dimensions: (334"« 434"
Color Temp: 3000K
Power: 17.8W CRI: 85
PAR38 4 ;ﬁﬂ;\ Base: med Dimming: 100% - 20%
Model Finish f&:ﬁ -:ﬁl Voltage: 120V Life: 25,000 hours
PAR3SLED-17N30 \?vlfr W = ::I: :.I Lumens: 825 Dimensions: (11" 534"
i'- };;;f Color Temp: 3000K
Power: 7.5W CRI: 85
BR20 Base: med Dimming: 100% - 10%
Model = Voltage: 120V Life: 40,000 hours
‘ BR20LED-7N27-WT 1 —‘ Lumens: 490 Dimensions: g1 374"
- Color Temp: 2700K
Power: 14W CRI: 85
BR30 f Base: med Dimming: 100% - 10%
Model 1 - Voltage: 120V Life: 40,000 hours
‘ BR30OLED-11N27-WT R _ Lumens: 830 Dimensions: 334"« 555"
L ColorTemp:  2700K
/ Power: 17w CRI: 85
BR40 = Base: med Dimming: 100% - 10%
Model .!i :.'.’; Voltage: 120V Life: 40,000 hours
‘ BR4OLED-15N27-WT \ Lumens: 1180 Dimensions: DA7s" X 513"

y' ColorTemp: 270K
For up to date product specifications and assistance please visit WAC LIGHTING.COM



LENSES

Colored Lens

« Changes color of the light

Viodel

LENS-16 AMB
LENS-20 BLU
LENS-25 GRN
LENS-30 RED
LENS-111  YEL

Example: LENS-20-BLU

Frosted Lens

« Softens light and reduces glare

LENS-16-FR
LENS-20-FR
LENS-25-FR
LENS-30-FR
LENS-111-FR

Example: LENS-16-FR

Spread Lens

« Spreads lightin an even pattern

Model

LENS-16-SPR
LENS-20-SPR
LENS-25-SPR
LENS-30-SPR
LENS-111-SPR

Example: LENS-16-SPR

WAC LIGHTING

Shown with
Spread Lens

Shown witho;
Lens

Beam Elongating Lens

« Creates a horizontal or vertical strip

of elongated light

LENS-16-BEL
LENS-20-BEL
LENS-25-BEL
LENS-30-BEL
LENS-111-BEL

Example: LENS-16-BEL

Honeycomb Louver

« Reduces glare at a 30° angle

LENS-16-HCL
LENS-20-HCL
LENS-25-HCL
LENS-30-HCL

LENS-111-HCL
Example: LENS-16-HCL

Cross Louver

« Controls spill light and glare
+ 45° cutoff

LENS-16-CRL
LENS-20-CRL
LENS-25-CRL
LENS-30-CRL
LENS-111-CRL

Example: LENS-20-CRL




RAIL SYSTEMS ?

« Quick Connect™
« Duorail™

« Solorail™

« Flexrail1




Quick Connect™ Pendants and Fixtures

Order one LM2-QADP (Duorail™), LM-QADP (Solorail™) or HM1-EN50 (Flexrail1™) per pendant or fixture used.
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Quick Connect™ Fixtures LEDmMe®

Power: 4W (Portal), 3W (Charge/Ovum) Color Temp: 3000K
Lumens: Upto110 CRI: 85
CBCP: Upto 1,536 Rated Life: 80,000 hours

Model # Finish
BN Brushed Nickel
Portal  QF-LED103-W DB Dark Bronze + Smooth and continuous ELV dimming down to 15% or better
L White depending on system power supply minimum loads
- Strong projected light output with no projected heat
Ovum - QFLED101-W 25° BN Brushed Nickel + 360° horizontal rotation and 90° vertical adjustment
20° DB Dark Bronze ] ] ]
Charge QF-LED102-W WT White ‘ - Die-cast aluminum construction

Example: QF-LED101-W-F-BN

Power consumption may vary depending on the efficiency of the
power supply being used, LED may be retrofit to existing 12V systems
Systems using older electronic transformers may need to upgrade to 1 watt minimum load transformers

Adapters (order separately)

Canopy See p.285 for canopy options

System Model Finish System  Model Finish

Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR | BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack  EN-HQ50AR | BK, BN,DB,WT
Flexraill™ HM1-EN50 DB, PT JTrack  EN-JQ50AR | BK,BN, WT

165 FIXTURE | Rail For up to date product specifications and assistance please visit WAC LIGHTING.COM



Super Ego 183

0\

41"

Merlin 185

213/16"\

"

Quick Connect™ Fixtures Low Voltage

Focus 199

434"

Lamping: Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max (order lamp separately)
Focus - 12V/24V AR111 (order lamp separately)
Model # Extension Finish X . X .
+ 360° horizontal rotation and 90° vertical adjustment
BN Brushed Nickel . .
SuperEgo  QF-183 DB DarkBronze « Machined brass construction
X3 3 « Additional extensions are available up to 48"
Merlin QF-185 BN Brushed Nickel
|‘I . .
| Fixture Extensions
. BN Brushed Nickel ”
Focus QF-199 X3 3 DB Dark Bronze Q-X18 18 Designed for use with
Q-X24 24" BN QF track heads to extend
Example: QF-199X3-BN Q-X36 36" DB thestem,cannotbe
Q-X48 43" shortened in the field
]
LED MR16 Lenses and Accessories
o AMB  Amber UV Filter Lens LENS-16-UVF
Model Finish BLU  Blue Frosted Lens LENS-16-FR
MR16LED-BAB BK Color Lens LENS-16 GRN  Green Spread Lens LENS-16-SPR
WT RED  Red Beam Elongating LENS-16-BEL
YEL Yellow Honeycomb Louver ~ LENS-16-HCL
Adapters (order separately) System Model Finish System  Model Finish
Canopy See p.285 for canopy options Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR  BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack  EN-HQ50AR | BK, BN,DB,WT
Flexraill™ HM1-EN50 DB, PT JTrack  EN-JQ50AR  BK,BN, WT

WAC LIGHTING
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Quick Connect™ Fixtures LEDme®

Lamping: Telas - Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max (order lamp separately)
Orb / Forza - Integral LED

& 3

The uniquely designed Orb retains the same profile

regardless of the aiming direction

« Smooth and continuous ELV dimming down to 15% or better

Model # Extension Finish
depending on system power supply minimum loads
Telas  QF-182 BN Brushed Nickel
- Replacement LED module may be ordered separately
X3 3in . .
orb QF-LED171 X6  6in gl; gruskhgd Nickel (model: RM3X3-30-QF)
X12 12in arkpronze + 360° horizontal rotation and 90° vertical adjustment
Forza QF-LED173 BN Brushed Nickel + Die-cast aluminum construction
Example: QF-LED173X3-BN Orb / Forza
Power: 5w Color Temp: 3000K
Power consumption may vary depending on the efficiency of the Lumens: Up to 290 CRI: 85
power supply being used, LED may be retrofit to existing 12V systems CBCP: Up to 2,451 Rated Life: 100,000 hours
Systems using older electronic transformers may need to upgrade to 1 watt Comparable:  35WMR16

minimum load transformers

Adapters (order separately) System Model Finish System  Model Finish

Canopy See p.285 for canopy options Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR | BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack  EN-HQ50AR | BK, BN,DB,WT
Flexraill™ HM1-EN50 DB, PT JTrack  EN-JQ50AR | BK,BN, WT

For up to date product specifications and assistance please visit WAC LIGHTING.COM



Rolls 190 Kogel 184 Ego 194
Shown with G114-BL Shown with G111-AM Shown with G115-BN
N / 19" N &

" 3/\ 178"

198

Quick Connect™ Fixtures Low Voltage

Lamping: Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max (order lamp separately)
Model # Extension Finish
« Glass and shield options in various finishes available (see table below)
Rolls  QF-190 5 . . o . .
« 360° horizontal rotation and 90° vertical adjustment
X3 ’ BN Brushed Nickel i i
Kogel QF-184 X6 6" DB S « Machined brass construction
X12 2" - Additional extensions are available up to 48"
Ego QF-194
Example: QF-194X3-DB ] Fixture Extensions

Q-X18 78:: Designed for use with
Q-X24 24 BN  QF track heads to extend
Q-X36 36" DB thestem, cannotbe

Q-X48 48" shortened in the field
I
Glass and Shield Options (order separately)
G111 G112 G113 G114 cased glass G115 mesh G116 solid
2"W x 1%H AW X 1%H  3%"Wx 16°H  296"W x 2%5"H WX 1%H 24 Wx1%H | ED MRI6 (order separately)
y ; » - £ Model Finish
@ &d & s Y ) o
: : g MR16LED-BAB wT
AM BL WT AM WT AM WT AM BL RD WT BN DB BN DB

Example: G111-BL

AM-Amber, BL-Blue, BN-Brushed Nickel, DB-Dark Bronze, RD-Red, WT-White

Adapters (order separately) System Model Finish System  Model Finish

Canopy See p.285 for canopy options Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR  BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack  EN-HQ50AR | BK, BN, DB,WT
Flexraill™ HM1-EN50 DB, PT JTrack  EN-JQ50AR | BK,BN, WT
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Windsor 186 Wales 187 Middleton 188

Y b
Shown with G116-DB Ly Shown with G111-WT L Shown with G116-BN =z «g\]\
SN "
B/
4 v NS
1% 1%< e
. ™ I
Quick Connect™ Fixtures Low Voltage
Lamping: Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max (order lamp separately)
Model # Extension Finish - Glass and shield options in various finishes available (see table below)

) « 360° horizontal rotation and 90° vertical adjustment
Windsor QF-186 DB Dark Bronze
« Machined brass construction

BN  Brushed Nickel - Additional extensions are available up to 48"

Wales QF-187 X3 3 DB DarkBronze
Middleton QF-188 BN Brushed Nickel \Y’ Fixture Extensions
. OF- - Q-X18 18" Designed for use with
Example: QF-186X3-DB Q-X24 24" BN oF trgack heads to extend
Q-X36 36" DB thestem,cannotbe
Q-X48 48" shortened in the field
Glass and Shield Options (order separately)
G111 G112 G113 G114 cased glass G115 mesh G116 solid
LED MR16 (order separately)
274"W x 13%4"H 272"W x 1%"H  3%"W x 17%"H | 2%"W x 2)2"H 274"W X 13%4"H 274"W X 13%4"H
0O B (886008 =.. ¢
. ( ‘ MR16LED-BAB SVKT
AM BL WT AM WT AM wWT AM BL RD WT BN DB BN DB

Example: G111-BL

AM-Amber, BL-Blue, BN-Brushed Nickel, DB-Dark Bronze, RD-Red, WT-White

Adapters (order separately) System Model Finish System  Model Finish

Canopy See p.285 for canopy options Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR | BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack  EN-HQ50AR | BK, BN,DB,WT
Flexraill™ HM1-EN50 DB, PT JTrack  EN-JQ50AR | BK,BN, WT
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Adeo 195
Shown with G113-WT

Quick Connect™ Fixtures Low Voltage

N AA"

1%46"

Mint 181

Shown with G112-AM

Twist 197
% Shown with G116-BN

Lamping: Accepts 12V LED MR16, Halogen MR16 lamps up to 50W max (order lamp separately)
Model # Extension Finish - Glass and shield options in various finishes available (see table below)
Adeo  QF-195 BN Brushed Nickel + 360° horizontal rotation and 90° vertical adjustment
X3 3 + Machined brass construction
. BN Brushed Nickel . . . .
Mint  QF-181 DB Dark Bronze - Additional extensions are available up to 48
i Fixture Extensions
Twist  QF-197 BN  Brushed Nickel .
Q-X18 18 Designed for use with
Example: QF-195X3-BN Q-X24 24" BN  OF track heads to extend
Q-X36 36" DB thestem,cannotbe
Q-X48 48" shortened in the field
0
Glass and Shield Options (order separately)
G111 G112 G113 G114 cased glass G115 mesh G116 solid
2"W x 1%H AW X 1%H  3%"Wx 16°H  296"W x 2%5"H WX 1%H 24 Wx1%H | ED MRI6 (order separately)
y : —f i Model Finish
CO B 000 60 00 o
’ a - MR16LED-BAB WT
AM BL WT AM  WT AM WT AM BL RD WT BN DB BN DB
Example: G111-BL
AM-Amber, BL-Blue, BN-Brushed Nickel, DB-Dark Bronze, RD-Red, WT-White
Adapters (order separately) System Model Finish System  Model Finish
Canopy  See p.285 for canopy options Solorail™  LM-QADP BN, DB L Track  EN-LQ50AR  BK,BN,WT
Duorail™  LM2-QADP BN, DB HTrack EN-HQ50AR  BK,BN,DB,WT
FlexrailT™ HM1-EN50 DB, PT J Track EN-JQ50AR BK, BN, WT
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DUORAIL™

Premium Monorail System

Offering the sleek look of a monorail, but engineered for more capacity and control, Duorail™ features two circuits that can be independently switched or
dimmed. Duorail™ is the thinnest two-circuit low voltage system in the industry at just /" tall and a %" wide and maintains a maximum capacity
of 50 amperes for demanding rail applications.

Each circuit uses up to 300 watts at 12 volts or 600 watts at 24 volts. For large applications both circuits can be switched together for up to 1,200 watts
at 24 volts. Precision fabricated brass components and electroplated solid copper conductors ensure durability and reliability.

WA LIGHTING



How to order Duorail™ System

Design Guidelines Sample Layout

Wattage 300W is the maximum load allowable for 12V systems, per circuit. A SRT-300M-12V  Single circuit magnetic transformer
600W is the maximum load allowable for 24V systems, per circuit. B LM2-T8 Rail section

Transformers Surface mount magnetic- high wattage capacity. C LM2-X3 Standoff (matches powerfeed)
Remote mount magnetic- larger capacities, minimize voltage D LM2- “I connector

: drop if I.ocated W|Fh|n 10 feet of power feed. E LM2-EC End cap (2 supplied with every track)

Mounting De.termlne the ceiling type. Select standoffs that match the F LM2-QADP Quick Connect™ adapter
height of the power feed component or surface mount G P518 ek C ™ pend
transformer. Minimum three supports for 8 foot section, two for Q Quick Connect™ pendant
4 foot section. Custom length suspensions are possible by using H QF-182 Quick Connect™ fixture
cables or suspension rods with rod couplers. I LM2-CPC Two circuit power feed

Joining A variety of designs can be achieved by using various connectors.

Sections Some are electrically conductive, others join rails mechanically

but not electrically. Dead End Connectors allow you to e —

connect runs together mechanically that exceed the
max wattage per circuit.
Shaping Shaping rail before mounting on the ceiling allows

you to determine the best location for standoffs. —@—

Use a bending machine for professional installations.

. 3 Model # For perfect small radius bends. A
—————  (Clamps onto work benches or flat
=

HM1-BM surfaces up to 2"

Cutting May be field cut. See supplied instructions for further details. I
Quick Quick Connect™ transformer attaches to rail and accepts
Connect™ all Quick Connect™ fixtures and pendants with _
low voltage LM2-QADP. D L]
Useful Tips System may be dimmed with a dimmer appropriate ® o e
for the transformer type, ie: electronic or magnetic.
Assistance is only a phone call away. Please call WAC Lighting
to speak to a friendly lighting specialist at 800.526.2588. E

1 Measure the amount of rail needed and choose a finish. Our Duorail™ and Solorail™ systems are available
in Brushed Nickel (BN) or Dark Bronze (DB) finishes.

Layout: Use rope, chalk or string on floor level, or a scale drawing with string to estimate rail needs. Broad curves work best ( 12” minimum radius ).
When working with curves, we recommend ordering up to 25% more rail than estimated to compensate for in-field design adjustments
during installation. Rail should pass under or near a junction box.

Rail Sections y Model # Finish
e
LM2 T4 4 BN Brushed Nickel
2nd Circuit — «— 1st Circuit T8 &' DB Dark Bronze
Y
o o Example: LM2-T4-BN
Ist Circuit —> ‘ € 2nd Circuit Includes two matching end caps.

Choose the Quick Connect™ pendants or fixtures (see p.165-p.170 and p.193-280) for the rail system. Make sure to order one
2 Quick Connect™ adapter per pendant or fixture ordered (LM2-QADP) for the finish chosen.
For example, BN finish would be item LM2-QADP-BN. Add up the total wattage needed in the system.

Quick Connect™ Adapter for Duorail™

i i Model # Finish

BN Brushed Nickel
The thre.saq.ed male ada?pter makes Tighten _, IE@ Hjﬂ _Tighten LM2-QADP DB A
compatibility a snap. Simply insert screw screw
the metal fitting into the system / \ Example: LM2-QADP-BN
adapter, hand tighten the Plastic Plastic Order one per Quick Connect™
collar and you're done! washer washer fixture or pendant used.

For up to date product specifications and assistance please visit WAC LIGHTING.COM DUORAIL™ I Rail 172



How to order Duorail™ System

3 Choose the appropriate sized magnetic or electronic transformer with sufficient electrical load to accommodate the total wattage
used for the system. Please consult voltage drop guidelines and take into consideration voltage drop for combined rail sections.

Surface Mount with Integrated Transformer

Magnetic transformers are an excellent choice when displaying with LED lamps and fixtures where minimum load may be concern

Magnetic Transformer Magnetic Transformer

f .;;\\
| -

BN Brushed Nickel BN Brushed Nickel
LM2-EN12-300M DB Dark Bronze LM2-EN12-500M DB Dark Bronze
12V, 2 150W 29" 12V, 2 x 250W ?10%"
Use with standard (LM2-X8) standoff. Separate input leads for Use with standard (LM2-X8) standoff. Separate input leads for separate
separate switching, or wire together for maximizing load capacity. switching, or wire together for maximizing load capacity.
Voltage Drop Guidelines: Run length: 40 Voltage Drop Guidelines: Run length: 2 x 40’
Sloped Ceiling Feed Debuzzing Coil  All magnetic transformers emit a small amount of

buzzing. Our magnetic surface-mounted transformers

have a built-in debuzzing coil, which substantially

reduces the buzzing. If the buzzing noise is still
° noticeable, a separate debuzzing coil may be

wired in series on the 120 volt input line. Select the

correct debuzzing coil based on the wattage of the

transformer.
LM2-SCP48 BN Brushed Nickel 48" LM-DBC12-150 12V, 150W @ 2%"
LM2-SCP96 DB Dark Bronze 96” LM-DBC12/24-300 12V/24V, 300W @ 2%"
Feed two 25A max circuits. Use with surface mounted transformer. LM-DBC12/24-600 12V/24V, 600W @ 436"
Use at any angle, easily shortened. Includes two LM-RI couplers.
Power Feeds (For use with remote transformers)
Two Circuit Power Feed Four Circuit Power Feed Cable Power Feed
< TS, €

BN Brushed Nickel B . BN Brushed Nickel . LM2-PCS48 (BN Brushed Nickel @45 x 48”
LM2-CPC DB Dark Bronze G472 LM2-DCPC DB Dark Bronze a5% LM2-PCS96 DB DarkBronze D4V> x 96"
Feeds two 25A max circuits. Feeds Four 25A max power feeds. Feeds two 25A max circuits.
Use with 3" standoff (LM2-X3). Order with a dead end “I" connector Use on sloped ceilings with remote transformers.

(LM2-IDEC). Use with 3" standoff (LM2-X3).

Remote Transformers Voltage Drop Guidelines (based on 10 gauge wire)

300w 600w Model # Runlength  Distance to power feed

SRT-300M-12V 40" max 10ft max
SRT-600M-12V 2 X 40’ max 10ft max

SRT-300M-24V 40" max 10ft max
SRT-600M-24V 40" max 10ft max

12v 24V 12v 24V On a full load voltage drop can cause a system to exceed the
25A rating. Guidelines assist with layouts only. When installing
Watt 12 Volts Breakers | 24 Volts Breakers L W H a 12V system, ensure that a min. of 12V is supplied at power
feeds. T0AWG wire should be used with remote transformers.
‘ 300W | SRT-300M-12V 1 SRT-300M-24V 1 103" 44" 4%" | Multi-tap output terminals (remote magnetic transformers)
S e e help make up for voltage drop before the power feed. Use a
‘ 600W  SRT-600M-12V 2 SRT-600M-24V 1 172" 6Y6" 57" | tester to verify no less than 11V is found at the end of
12V2" 65" 575" | the run and no more 25A is being drawn from the power feed.
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How to order Duorail™ System

Measure the height of the ceiling and determine the distance from the floor to the rail to calculate length of the standoffs
4 needed to suspend the rail from the ceiling. Determine number of standoffs and connectors for the rail.
Use a minimum of 3 standoffs per 8 foot section and 2 standoffs per 4 foot section

Rail Suspension Model # Finish Dimensions Description
- LM2-X3 . ”
Standard Ceiling LM2-X5 BN Brushed Nickel 5%" Supports rail for flat ceilings and surfaces.
Standoff DB  DarkBronze .
LM2-X8 8
T-Bar Ceiling LM2-TB3 BN  Brushed Nickel B Conceals a T-Bar clip under the canopy
Standoff LM2-TB5 DB  DarkBronze o for standard 1” T-Bar ceilings.
LM2-TB8 8" ’
Sloped Ceiling BN  Brushed Nickel Supports rail for sloped ceiling.
LM2-XS5 534" .
Standoff DB  Dark Bronze Accommodates angles up to 45°.
Aircraft Suspension & LM2-CS48 BN  Brushed Nickel 48" Supports monorail for flat or sloped ceilinas
Cable LM2-CS96 DB  DarkBronze 96" PP P gs.
LM-R12 12" .
. LM-R24 BN Brushed Nickel 247 Qse VYIth Astandoffs and power feeds. Use two per
Extension Rod L circuit with rod couplers to extend power feeds.
LM-R36 DB Darkfronze 7 Field cut to size and join with rod couplers
LM-R48 48" Y J uplers.
y . Use two per power feed, four per dual power feed,
Rod Coupler LM-RI BN Brushed Nickel D%" X %" H one additional coupler per rod needed when
| DB Dark Bronze S ; .
joining two rods in excess of 48"
Example: LM2-CS48-BN
5 Determine the hardware accessories to join the rail sections together in the configuration chosen.
Rail Connectors Model # Dimensions Description
“I"Dead-End — LM2-IDEC BN  Brushed Nickel 547 x 2" Connects two sections of rail with
Connector DB  DarkBronze ol no electrical continuity.
. _ BN Brushed Nickel L Connects two sections of rail with electrical
V" Connector é LM2-1 DB Dark Bronze %% 2 continuity.
“X" Dead-End | BN  Brushed Ni