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OUR COMPANY

::  DRIVEN BY DESIGN 
It all happens at our forge, here in Vermont. Our design 

team brings a diverse set of talents and knowledge to the 

creation of each piece. Our artisans use skill, metal and 

heat to make those designs a reality. After more than four 

decades, we continue to pair tradition with innovation. 

We’re dedicated to bringing you stunning, finely-crafted 

designs. It’s what sets us apart. It’s what drives us. 

::    INNOVATION & INSPIRATION 
Our designers and craftspeople continue to explore ways 

to improve products and processes using technology. 

LED is more than just energy-efficient lighting; it’s now 

often part of the sculpture. And in the forge, investment 

in technology is a top priority. It allows our artisans to 

continue to deliver the best products to our customers.

::  FROM VERMONT TO YOU 
Quality and tradition are more than just words to us. We 

believe uncompromising quality can only be realized when 

everyone involved has a close connection to the products 

being created. We have a proud tradition to uphold and 

we take that responsibility seriously. The creation of our 

lighting – from design, to prototyping, to tooling and 

crafting, all occurs under one roof. The magic happens 

here in Vermont.   

::  LIFETIME LIMITED WARRANTY 
Many companies say they’re committed to quality.  

We back up our commitment. Our best-in-class 

manufacturing processes keep our customers happy. 

And, we guarantee our quality with a promise – a Lifetime 

Limited Warranty for any of our fixtures used in residential 

settings. We also have a committed and knowledgeable 

customer service team here in Vermont, ready to  

assist you by phone or email. 

::  ECO-CONSCIOUS CHOICES 
Vermont is the Green Mountain state. We feel it’s our 

duty to keep our mountains green and to extend that 

commitment well-beyond Vermont’s borders. We use 

eco-friendly manufacturing processes, source domestically 

and partner locally whenever possible, manufacture using 

recyclable materials, design with energy efficiency in  

mind and use innovative technologies to reduce waste. 

::  CUSTOM PROJECTS 
The advantages of designing and crafting products 

domestically, all under one roof, are numerous. The ability 

to quickly turn around custom requests is critical. Our 

designers and artisans work together to deliver the custom 

designs our customers want. Whether it’s a modification  

to an existing product or something totally new, they’re 

here to deliver. 

OUR COMPANY
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PRODUCT   |   PORTABLES

HUBBARDTONFORGE.COM

NEW

 KEY FACTS ABOUT OUR NEW COASTAL OUTDOOR FINISHES:

 ::   Formulated to resist harsh environmental conditions

 ::   Extensively tested in our salt spray chamber where it’s subjected to:

  - 100% humidity

  - Salinity nearly 50% greater than average sea water

 ::   Significantly improved durability

 ::   Your choice of six Coastal Outdoor Finishes

 ::   Available on all Hubbardton Forge outdoor fixtures at no additional charge

 ::   Required for outdoor fixtures installed within 20 miles of the coast in order
  to benefit from our Warranty*

“Our advances in finishes, materials and technology 
              allow us to bring lighting outdoors that isn’t merely functional or
         accent pieces, but potential focal points for these outdoor spaces.”

               DAVID KITTS, DESIGN DIRECTOR*Our Lifetime Limited Warranty has 

specific requirements for fixtures used 

near the sea coast. The environment 

near the sea coast can be extremely 

corrosive. Hubbardton Forge has 

developed a series of coastal finishes 

for use in these areas. Within 20 

miles of the sea coast, this Limited 

Warranty will only cover finish defects 

on products using our coastal finishes. 

See complete LLW in Specification 

Book or on our website.

NEW COASTAL OUTDOOR FINISH
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PRODUCT   |   FINISHES

COASTAL BLACK  -10  COASTAL NATURAL IRON  -20  

COASTAL MAHOGANY  -73  COASTAL BRONZE  -75  

COASTAL DARK SMOKE  -77  COASTAL BURNISHED STEEL  -78  

NEW
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MAHOGANY  -03  

TRANSLUCENT FINISHES

PRODUCT   |   FINISHES

Our translucent finishes show off the character and texture of the metal beneath…
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BRONZE  -05  

PRODUCT   |   FINISHES

We strive to show the most accurate color possible. However, due to printing limitations, representations here may not be exact. Please contact your Hubbardton Forge showroom for actual finish samples.

Our finishing process utilizes the methods that will bring out the beauty of the materials…
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PRODUCT   |   FINISHES

DARK SMOKE  –07  

Powder coating is more resistant to impact, moisture, chemicals, and UV light than liquid paints…
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PRODUCT   |   FINISHES

We strive to show the most accurate color possible. However, due to printing limitations, representations here may not be exact. Please contact your Hubbardton Forge showroom for actual finish samples.

BURNISHED STEEL -08  

The eco-benefits of powder coating include low to no VOCs, the capability to recapture and reuse overspray and the ability to return exhaust…Powder coating is more resistant to impact, moisture, chemicals, and UV light than liquid paints…
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PRODUCT   |   FINISHES

BLACK  -10  

OPAQUE  FINISHES Opaque finishes showcase steel’s texture or aluminum’s smooth surface…
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PRODUCT   |   FINISHES

We strive to show the most accurate color possible. However, due to printing limitations, representations here may not be exact. Please contact your Hubbardton Forge showroom for actual finish samples.

NATURAL IRON  -20  
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PRODUCT   |   FINISHES

VINTAGE PLATINUM  -82  

VINTAGE PLATINUM & SOFT GOLD The brilliance of our Vintage Platinum is stunning…
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PRODUCT   |   FINISHES

We strive to show the most accurate color possible. However, due to printing limitations, representations here may not be exact. Please contact your Hubbardton Forge showroom for actual finish samples.

SOFT GOLD  -84  

Our Soft Gold finish offers a subtle warmth and elegance.The brilliance of our Vintage Platinum is stunning… NEW FOR 2017 VINTAGE PLATINUM & SOFT GOLD ARE NOW AVAILABLE ON ALL INDOOR FIXTURES.
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MAHOGANY  -03  
GLOSS WHITE  -01  

Gloss White brightens a space and highlights the fixture. Available on select items.

We strive to show the most accurate color possible. However, due to printing limitations, representations here may not be exact. Please contact your Hubbardton Forge showroom for actual finish samples.

PRODUCT  |   FINISHES
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NATURAL LINEN 
A more traditional natural color 
fabric option with a coarser weave 
compared to our Natural Anna and  
Flax fabrics.

DOESKIN MICRO-SUEDE 
Softer, richer fabrics, our  
microsuedes are hand-dyed and 
distressed to create a subtle 
patterning. The Doeskin has 
warm brown and tan overtones, 
especially when lit. 

TERRA MICRO-SUEDE 
A warm brownstone and rust red 
dyed fabric in the micro-suede 
family of fabrics.

ECLIPSE MICRO-SUEDE 
A dark grey alternative in the 
micro-suede family of fabrics, for 
those who are looking for a more 
opaque shade option.

NATURAL ANNA 
A more contemporary, white fabric 
with a tighter, smoother weave 
compared to the Natural Linen.

FLAX 
Our most popular transitional, off-
white fabric with the same weave 
as on our Natural Anna shade. 

SPUN FROST 
A white, non-woven fabric imparts 
a light, contemporary look and feel.

SPUN AMBER 
A warm, amber alternative to the 
Spun Frost non-woven fabric.

NATURAL CORK 
A renewable natural cork veneer 
which glows dramatically when lit.

 NATURAL ANNA

 FLAX 

 SPUN AMBER 

 NATURAL CORK 

 ECLIPSE MICRO-SUEDE

 TERRA MICRO-SUEDE

 DOESKIN MICRO-SUEDE

 NATURAL LINEN

 SPUN FROST 

PRODUCT   |   SHADES
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PRODUCT   |   LOW-VOLTAGE 

OUR LOW-VOLTAGE PENDANTS ARE AVAILABLE FOR LINEAR RAIL AND TRACK SYSTEMS

5.5" canopy included
STANDARD LOW-VOLTAGE PENDANTS are pre-wired to  
a line-voltage canopy with space for excess cable, allowing easy 
height adjustability.

HUBBARDTON FORGE UNIVERSAL CONNECTOR PENDANTS 
are shipped with a male universal coaxial connector that is designed 
and tested to work with single or multi-port canopies, linear and  
rail systems offered by Edge Lighting as well as other manufacturers 
with quick connect systems. 

We offer a residential Lifetime Limited Warranty on all of our  
universal connector pendants. Consult Hubbardton Forge for  
system compatibility and other questions.

Universal Coaxial 
Connector included with new 
Rail/Track version.

LOW-VOLTAGE
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Two Vermont artisanal companies, 
Hubbardton Forge and AO Glass are 
collaborating to create unique hand-blown 
glass for a select collection of lighting fixtures. 
It is the union of two Vermont neighbors who 
pride themselves in forward-thinking design 
and consummate quality, with the shared goal 
of turning everyday objects into art.

HUBBARDTON FORGE & AO GLASS

AO GLASS

INTRODUCTION   |   AO GLASS PARTNERSHIP
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PRODUCT   |   BLOWN GLASS

OPAL GLASS

Our most popular glass 
choice. A neutral flat white 
when unlit, Opal radiates  
the warmth of the inner  
bulb when lit.

OFF/UNLIT ON/LIT

-G   OPAL GLASS

PEARL GLASS

A matte, light cream color 
when unlit, it glows warm 
with very unique, delicate 
patterns of undulating  
clouds when lit.

OFF/UNLIT ON/LIT

-ZX   PEARL GLASS

OFF/UNLIT ON/LIT

variations in color

STONE GLASS

A transitional glass, Stone 
has a combination of earthy 
hues of warm ivory, beige 
and sand with flecks of grey 
striations suggesting natural 
stone when unlit. It takes on 
a warmer glow when lit.

-H   STONE GLASS



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 27HUBBARDTONFORGE.COM

PRODUCT   |   BLOWN GLASS

OFF/UNLIT ON/LIT

SEEDED CLEAR GLASS  

The encapsulated bubbles 
in our Seeded Clear Glass 
veil its interior when unlit, but 
become alive with highlights 
when illuminated.

Available on select items.

-I   SEEDED CLEAR GLASS

OFF/UNLIT ON/LIT

WATER GLASS

Thick, wavy patterns, similar 
to an antique window, reflect 
the light with a slight sparkle. 
Water Glass retains the 
same characteristics when 
lit or unlit.

Available on select items.

-L   WATER GLASS
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PRODUCT   |   ART GLASS

OFF/UNLIT ON/LIT

AMBER SWIRL ART GLASS

Shiny-surfaced Amber Swirl  
Art Glass is a flowing blend  
of ivory and light caramel  
colored glass. It provides  
a warm glow when lit. 

Available on select items.

-A   AMBER SWIRL ART GLASS

OFF/UNLIT ON/LIT

WHITE ART GLASS

Shiny-surfaced White Art  
Glass is a lively blend of  
swirled cool white tones. It 
gives off a clean, natural light.

Available on select items.

-B   WHITE ART GLASS

OFF/UNLIT ON/LIT

IVORY ART GLASS

Shiny-surfaced Ivory Art  
Glass is a blend of antique 
ivory and cream colored  
glass with a warm tone that  
falls between our White  
and Amber Swirl Art Glass. 

Available on select items.

-C   IVORY ART GLASS
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PRODUCT   |   ART GLASS

Please refer to the Specification Book for details regarding glass options available for each product.

Please note: Small blemishes and bubbles are inherent in hand-blown glass and are not considered defects. Due to the nature of the glass-making process,  
the pattern and balance of color in the glass may vary significantly within a piece and from one piece to another. It is the individuality of each piece that is so sought after. 

We strive to show the most accurate color possible. However, due to the limitations and variations of the photography and printing processes,  
representations here may not be exact. Please visit your Hubbardton Forge showroom to see actual glass samples.

We purchase our glass domestically whenever possible, however much of our glass is sourced internationally.

OFF/UNLIT on/lit

TOPAZ ART GLASS 

Neutral deep brown when unlit, 
Topaz Art Glass dramatically 
transforms into a dynamic 
blend of rich and warm glowing 
swirls when lit. 

Available on select items.

-ZB   TOPAZ ART GLASS

OFF/UNLIT ON/LIT

SAND GLASS

Sand Glass’s sandblasted 
surface is a natural beige-white 
color when both lit and unlit. 
The even tones of Sand Glass 
are a warm alternative to Opal. 
Sand Glass’s overall hue  
most closely matches that  
of Stone Glass.

Available on select items.

-S   SAND GLASS
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PRODUCT   |   LEGRAND® PARTNERSHIP

LIGHT & SWITCH.
FINALLY MADE FOR EACH OTHER.

What happens when you combine  
a 6,000-year-old art with leading- 
edge, touch-sensitive technology? 
The result is the Hubbardton Forge 
line by Legrand®, as part of the 
adorne® collection. Choose your 
stunning Hubbardton Forge fixtures, 
then add the ultimate final touch. 
Six lustrous metal plates, forged by 
fire to make adorne’s simply elegant 
switches and outlets a perfect match 
with Hubbardton Forge’s rich array 
of metal textures and finishes. It’s a 
partnership forged in the fires of 
creativity and passion.

For more information on the 
adorne collection, go to 
www.legrand.us/adorne. 
Industry Professionals, please visit 
the website’s “Pro Support” section 
to find a Legrand representative.

LEGRAND
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PRODUCT   |   OUTDOOR
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PRODUCT   |   OUTDOOR

NEW UMBRA  362001  ALUMINUM PENDANT

20" dia  UL outdoor damp
A19 bulb, 100 W max
SHOWN: COASTAL BURNISHED STEEL FINISH

NEW PORTICO  362005  ALUMINUM PENDANT

22.5" dia  UL outdoor damp
Candelabra bulbs (5), 60W max
SHOWN: COASTAL BRONZE FINISH / OPAL GLASS

NEW PORTICO DRUM  362010  ALUMINUM PENDANT

32" dia  UL outdoor damp
Candelabra bulbs (5), 60W max
SHOWN: COASTAL BRONZE FINISH / SEEDED CLEAR GLASS

NEW DIVERGENCE  362015  ALUMINUM PENDANT

54.2" dia  UL outdoor damp
A19 bulbs (6), 60 W max
SHOWN: COASTAL BRONZE FINISH

NEW
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PRODUCT   |   OUTDOOR

NEW UMBRA MEDIUM  302810  ALUMINUM SCONCE

15.8" h x 7" w x 6.5" d  A19 bulb, 100 W max
SHOWN: COASTAL BRONZE FINISH

Umbra sconce sizes available

Large
302812

 Medium
302810

15.8"

7"

20.8"

7.8"

NEW

NEW DIVERGENCE  302805  ALUMINUM SCONCE

12.9" h x 13.8" w x 8" d  A15 bulbs (2), 60 W max
SHOWN: COASTAL BURNISHED STEEL FINISH / OPAL GLASS TUBES

clear glass option

left: UMBRA  362001  ALUMINUM PENDANT

20" dia  dimmable  UL outdoor damp
A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH
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PRODUCT   |   OUTDOOR
NEW

NEW FIZZ  302750  ALUMINUM SCONCE

13.3" h x 4.9" w x 5.2" d  A15 bulb, 60 W max
SHOWN: COASTAL DARK SMOKE FINISH 

NEW HENRY  363010  ALUMINUM PENDANT

11.1" h x 23.2" dia  A19 bulb, 100 W max  UL outdoor damp
SHOWN: COASTAL BRONZE FINISH 

NEW HENRY SMALL  302710  ALUMINUM SCONCE

10.5" h x 9.2" w x 10.4" d  Par20 wet location bulb, 50 W max
SHOWN: COASTAL DARK SMOKE FINISH 

left: NEW HENRY MEDIUM  302712  ALUMINUM SCONCE

12.8" h x 14.4" w x 16.7" d  Par20 wet location bulb, 50 W max
SHOWN: COASTAL BRONZE FINISH 

Henry sconce sizes available

Small
302710

Medium
302712

12.8"

16.7"

10.5"

10.4"

ALL FIZZ DESIGNS 

FEATURE CLEAR 

BUBBLE GLASS 

BY AO GLASS IN 

VERMONT
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PRODUCT   |   OUTDOOR

left: TRESS LARGE  302529  ALUMINUM SCONCE

31.8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
INDOOR VERSION: 205437   SHOWN: BRONZE FINISH

COLLAGE LARGE  302523  ALUMINUM SCONCE

27.1" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
INDOOR VERSION: 205432   SHOWN: DARK SMOKE FINISH

TRESS SMALL  302527  ALUMINUM SCONCE

22.9" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
INDOOR VERSION: 205435   SHOWN: BRONZE FINISH

Tress wall sconce sizes available

22.9"

9.5"

Large
302529

Small
302527

31.8"

9.5"

COLLAGE SMALL  302520  ALUMINUM SCONCE

13.8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
RIGHT VERSION AVAILABLE   INDOOR VERSION: 205428

SHOWN: DARK SMOKE FINISH 
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PRODUCT   |   OUTDOOR

SHARD SMALL  302515  ALUMINUM SCONCE

7.1" h x 8.6" w x 3.5" d  ADA  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH

SHARD LARGE  302517  ALUMINUM SCONCE

14.1" h x 8.6" w x 3.5" d  ADA  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH

QUAD SMALL  302510  ALUMINUM SCONCE

8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
INDOOR VERSION: 205425   SHOWN: DARK SMOKE FINISH

QUAD LARGE  302512  ALUMINUM SCONCE

20.4" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
INDOOR VERSION: 205427   SHOWN: BURNISHED STEEL FINISH

SHARD SCONCES 

FEATURE  

ARTISANAL GLASS 

FROM AO GLASS 
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PRODUCT   |   OUTDOOR

ETHOS LARGE  308015  ALUMINUM SCONCE

22.2" h x 5.8" w x 3.9" d  ADA  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH / SEEDED CLEAR GLASS   US PATENT D713,088 S

URSA LARGE  302503  ALUMINUM SCONCE

26.7" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR GLASS

left: URSA SMALL  302501  ALUMINUM SCONCE

23.6" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR GLASS

Ethos wall sconce sizes available

Large
308015

22.2"

5.8"

Medium
308010

18.3"

Ursa wall sconce sizes available

Large
302503

26.7"

9.5"

Small
302501

23.6"

9.5"

5.8"
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AXIS LARGE  306405  ALUMINUM SCONCE

24" h x 5.5" w x 3.8" d  ADA 
MR16 halogen bulb, 50 W max
SHOWN: DARK SMOKE FINISH / CLEAR GLASS   US PATENT D 690,871 S

Axis sconce sizes available

Large
306405

Small
306401

Medium
306403

24"

5.5"

19"

4.8"

15"

4.6"

AXIS SMALL  306401  ALUMINUM SCONCE

15" h x 4.6" w x 2.9" d  ADA 
G9 halogen bulb, 40 W max, incl 
SHOWN: BURNISHED STEEL FINISH / CLEAR GLASS   US PATENT D 690,871 S

OUR OUTDOOR FIXTURES ARE MADE OF 

DURABLE, RUSTPROOF ALUMINUM.
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DOUBLE AXIS MEDIUM  306420  ALUMINUM SCONCE

31" h x 4.8" w x 4.2" d  dedicated LED lamping
SHOWN: BRONZE FINISH / CLEAR GLASS   US PATENT D744,691

Double Axis sconce sizes available

Large
306425

31"

Small
306415

23.5"

4.6"

37.8"

5.5"

Medium
306420

4.8"

DOUBLE AXIS SMALL  306415  ALUMINUM SCONCE

23.5" h x 4.6" w x 3.9" d  dedicated LED lamping  ADA 
SHOWN: BRONZE FINISH / CLEAR GLASS   US PATENT D744,691
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Airis sconce sizes available

Large
307930

33"

6.8"

Medium
307920

24.3"

5"

Small
307910

18.3"

4.5"

AIRIS LARGE  307930  ALUMINUM SCONCE

33" h x 6.8" w x 4.6" d 
MR16 halogen bulb, 50 W max
SHOWN: DARK SMOKE FINISH / SEEDED GLASS

AIRIS MEDIUM  307920  ALUMINUM SCONCE

24.3" h x 5" w  x 5.2" d  
MR16 halogen bulb, 35 W max 
photometric data avail
SHOWN: BURNISHED STEEL FINISH / STAINLESS  
MESH TUBE   US PATENT D608,489

AIRIS SMALL  307910  ALUMINUM SCONCE

18.3" h x 4.5" w  x 4" d  ADA
MR16 halogen bulb, 35 W max  
photometric data avail
SHOWN: DARK SMOKE FINISH / TEXTURED ALUMINUM PLATE 
US PATENT D608,489

DARK SKY-FRIENDLY AIRIS SCONCES  

ARE AVAILABLE IN THREE SIZES  

AND THREE DIFFERENT DESIGN OPTIONS.
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TWILIGHT MEDIUM  304903  ALUMINUM SCONCE

8.9" h x 8.6" w x 7.4" d  A15 bulb, 60W max (fluorescent avail) 
optional top plate to block uplight inc
LARGE LED VERSION: 304905   SHOWN: DARK SMOKE FINISH   US PATENT D703,372S

Twilight sconce sizes available

Large
304905

11.1"

Medium
304903

8.6"

Small
304901

6.9"

Twilight semi-flush sizes available

Small
364901

Medium
364903

9" 6"

with top plate  
Dark Sky Friendlywithout top plate

TWILIGHT SMALL  364901  ALUMINUM SEMI-FLUSH

4.9" h x 6" sq  G9 halogen bulb, 60W max, incl
SHOWN: BURNISHED STEEL FINISH

6.8"
4.9"

11.4"
8.9" 7.1"
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ROOK POST LIGHT  344935  ALUMINUM

22.6" h x 6.9" dia  A19 bulb, 100W max
71" h x 3" d post, 3" pier mount, & base cover sold separately 
SHOWN: DARK SMOKE FINISH / STONE GLASS 

ROOK MEDIUM  304933  ALUMINUM SCONCE

19.5" h x 4.8" w x 5" d  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS

Rook sconce sizes available

Large
304935

Medium
304933

19.5"

Small
304930

14"

6.5" 4.8" 4.5"

25.9"

FLUX  303090  ALUMINUM SCONCE

23.4" h x 5" w x 4" d  ADA  MR16 halogen bulb, 50W max
SHOWN: BRONZE FINISH
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After Hours sconce sizes available

Grande
307880

Large
307861

Medium
307860

Small
307858

40"

10"

26.8"

6.5"

20"

5"

15.7"

4.2"

PLUTO MEDIUM  306603  ALUMINUM SCONCE

10.7" h x 8" w x 9.2" d  A19 bulb, 100 W max
SHOWN: BURNISHED STEEL FINISH / CLEAR GLASS

Pluto wall sconce sizes available

Small
306605

8.7"

6"

Medium
306603

10.7"

8"

AFTER HOURS MEDIUM  307860  ALUMINUM SCONCE

20" h x 5" w x 5" d  GU10 halogen bulb, 35 W max 
(fluorescent avail)  removable top plate
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS 

opal glass option
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FUSE MEDIUM  306453  ALUMINUM SCONCE

17" h x 4.6" w x 6.4" d  BT-15 bulb, 100W max
SHOWN: BRONZE FINISH / CLEAR GLASS OVER OPAL GLASS

Fuse sconce sizes available

Large
306455

Small
306450

12"

4.6"

17"

4.6"

21"

4.6"

Medium
306453

ERLENMEYER SMALL  307710  ALUMINUM SCONCE

9.5" h x 4.5" w x 4.7" d  G9 halogen bulb, 40 W max, incl
SHOWN: BRONZE FINISH / THICK BLOWN-GLASS   US PATENT D709638S

Erlenmeyer sconce sizes available

Medium 
307715

11.2"

Small
307710

9.5"

5" 4.5"
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HOOD SMALL  306560  ALUMINUM SCONCE

7" h x 7.9" w x 9.6" d  A15 bulb, 60W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS  US PATENT D685,947S

HOOD SMALL  306563  ALUMINUM SCONCE

6.8" h x 7.9" w x 9.6" d  A15 bulb, 60W max
photometric data avail  IDA approved Dark Sky-friendly fixture
SHOWN: BURNISHED STEEL FINISH  US PATENT D685,947S

HOOD MEDIUM  306567  ALUMINUM SCONCE

16" h x 10" w x 12.8" d  A19 bulb, 100W max
photometric data avail  IDA approved Dark Sky-friendly fixture
SHOWN: BRONZE FINISH  US PATENT D685,947S

HOOD MEDIUM  306565  ALUMINUM SCONCE

16" h x 10" w x 12.8" d  A19 bulb, 100W max
SHOWN: BRONZE FINISH / STONE GLASS  US PATENT D685,947S
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Banded sconce sizes available

Grande
305895

Large
305894

Small
305892

 Medium
305893

15.8"

7"

BANDED LARGE  305994  ALUMINUM SCONCE

20.3" h x 9.4" w x 7.9" d  A19 bulb, 100 W max (LED avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS

BANDED MEDIUM  305893  ALUMINUM SCONCE

15.8" h x 7" w x 5.2" d  A19 bulb, 100 W max (LED avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS 

Capped Banded sconce sizes available

Grande
305995

Large
305994

9.4"

20.3"

Medium
305993

7.9"

16.2"

Small
305992

6"

12.5"

25.9"

9.9"

20.8"

7.8"

12"

5"

10.7"

25.9"

PRODUCT   |   OUTDOOR
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PORT MEDIUM  304303  ALUMINUM SCONCE

12" h x 11" w x 11.2" d  A19 bulb, 100W max
SHOWN: BURNISHED STEEL FINISH / SEEDED OVER OPAL GLASS  US PATENT D697,249 

SEA COAST MEDIUM  304215  ALUMINUM SCONCE

18.6" h x 4.8" w x 5.2" d  B bulb, 60W max
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR GLASS   US PATENT D606, 701 

opal glass option

Port sconce sizes available

Small
304301

10.3"

9.2"

Large 
304305

13.3"

12.4"

Medium 
304303

11"

12"

Sea Coast sconce sizes available

Large
304220

24.2"

6.2"

Medium
304215

18.6"

4.8"

Small
304210

14.8"

4.5"
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Harbor sconce sizes available

HARBOR MEDIUM  305003  ALUMINUM SCONCE

15.5" h x 5" w x 5.8" d  B bulb, 60W max
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS

CAVO  303080  ALUMINUM SCONCE

25.8" h x 5" w x 5.6" d  B bulb, 60W max
SHOWN: BRONZE FINISH / STONE GLASS

CAVO  303082  ALUMINUM SCONCE

12.4" h x 5" w x 5.6" d  A19 bulb, 75W max
SHOWN: BRONZE FINISH / PEARL GLASS

Large
305005

19.5"

6.5"

Medium
305003

15.5"

5"

PRODUCT   |   OUTDOOR

clear glass option clear glass option

seeded clear glass option
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PORTICO LARGE  304330  ALUMINUM SCONCE

23" h x 9.8" w x 7.1" d  CA 10 bulbs (4), 60W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS

HALO SMALL  302701  ALUMINUM SCONCE

13.1" h x 13.1" w x 14.1" d  MR16 halogen bulb, 50W max
SHOWN: DARK SMOKE FINISH   PATENT PENDING

left: HALO LARGE  302703  ALUMINUM SCONCE

17" h x 17" w x 18" d  MR16 halogen bulb, 50W max
SHOWN: DARK SMOKE FINISH   PATENT PENDING

Halo sconce sizes available

Small
302701

Large 
302703

17"

18"

13.1"

14.1"

Portico sconce sizes available

23"

Large 4-light
304330

9.8"

17.8"

Medium 3-light
304325

8.5"

14.8"

Small 1-light
304320

6.3"
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MASON MEDIUM  303003  ALUMINUM SCONCE

11.5" h x 8.2" w x 9" d  G9 halogen bulb, 60W max, incl
SHOWN: BRONZE FINISH / THICK BLOWN-GLASS  US PATENT D726,952 

Mason chain-hung sizes available

Small
363001

8.8"

7.2"

Medium
363003

10.6"

8.2"

MASON MEDIUM  363003  ALUMINUM PENDANT

10.6" h x 8.2" dia  G9, 5W LED bulb
SHOWN: BRONZE FINISH / THICK BLOWN-GLASS  US PATENT D726,952 

Large
363005

14.6"

11.3"

Mason sconce sizes available

Small
303001

9.7"

7.2"

Medium
303003

11.5"

8.2"

Large
303005

15.9"

11.3"
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MERIDIAN MEDIUM  305610  ALUMINUM SCONCE 
12.7" h x 7.5" w x 8.8" d  A19 bulb, 100W max (LED avail)
SHOWN: DARK SMOKE FINISH / SEEDED GLASS OVER OPAL GLASS

Small
305605

Meridian sconce sizes available

Medium
305610

Large
305615

9.4"

15.7"

7.5"

12.7"
10.3"

6.3"

MERIDIAN MEDIUM  365605  ALUMINUM SEMI-FLUSH

12.6" h x 7.7" dia  A19 bulb, 100 W max (LED avail) 
SHOWN: BRONZE FINISH / SEEDED GLASS OVER OPAL GLASS 

OUR OUTDOOR FIXTURES ARE MADE OF  

DURABLE, RUSTPROOF ALUMINUM.
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MERIDIAN  345610  ALUMINUM POST LIGHT 
14.4" h x 9.7" dia (without post)  A19 bulb, 100W max
71" h x 3" dia  post, 3" pier mount, & base cover sold separately 
SHOWN: DARK SMOKE FINISH / SEEDED GLASS OVER OPAL GLASS

Meridian chain-hung sizes available

Medium
365610

Large
365615

12.7"
15.7"

9.7"

7.7"

MERIDIAN MEDIUM  365610  ALUMINUM PENDANT

12.7" h x 7.7" dia  A19 bulb, 100 W max (LED avail) 
SHOWN: BURNISHED STEEL FINISH / SEEDED GLASS OVER OPAL GLASS

PRODUCT   |   OUTDOOR
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MODERN PRAIRIE  345715  ALUMINUM POST LIGHT

20.4" h x 11.7" sq  A19 bulb, 150 W max 
23" h or 71" h x 3" sq  post, 3" pier mount & base cover sold separately 
SHOWN: BRONZE STEEL FINISH / PEARL GLASS   US PATENT D722,719

Modern Prairie chain-hung sizes available

Large
365710

15"

9.4"

Medium
365705

12.4"

7.5"

MODERN PRAIRIE MEDIUM  365705  ALUMINUM PENDANT

12.4" h x 7.5" sq  A19 bulb, 100 W max
SHOWN: MAHOGANY FINISH / PEARL GLASS   US PATENT D722,719

ARC ELLIPSE MEDIUM  367525  ALUMINUM SEMI-FLUSH

10" h x 12.9"w x 6.7" d  A19 bulb, 100 W max (LED avail)
SHOWN: BLACK FINISH / STONE GLASS   US PATENT D613,896
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Modern Prairie sconce sizes available

Large
305710

15.9"

9.4"

Medium
305705

12.9"

7.5"

MODERN PRAIRIE LARGE  305710  ALUMINUM SCONCE

15.9" h x 9.4" w x 11.9" d  A19 bulb, 100 W max
SHOWN: BURNISHED STEEL FINISH / PEARL GLASS   US PATENT D722,719

ARC ELLIPSE MEDIUM  307525  ALUMINUM SCONCE

11" h x 12.9" w x 6.3" d  A19 bulb, 100 W max (LED avail)
SHOWN: BLACK FINISH / STONE GLASS   US PATENT D 613,896

Arc Ellipse sconce sizes available

Medium
307525

12.9"

11"

Small
307521

9"

7.4"

OUR OUTDOOR FIXTURES ARE MADE OF  

DURABLE, RUSTPROOF ALUMINUM.
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BEACON HALL MEDIUM  304815  ALUMINUM SCONCE

17.6" h x 8.9" w x 9.4" d  A19 bulb, 100 W max (LED avail)
SHOWN: DARK SMOKE FINISH / CLEAR GLASS OVER OPAL GLASS   US PATENT D651,737S

Beacon Hall sconce sizes available

Large
304820

Medium
304815

Small
304810

7.3"

13.7"

8.9"

17.6"

12.1"

23.4"

BEACON HALL  364820  ALUMINUM PENDANT

16.1" h x 12.1" sq  A19 bulb, 100 W max (LED avail)
SHOWN: DARK SMOKE FINISH / CLEAR GLASS OVER OPAL GLASS   US PATENT D651,737S

right: BEACON HALL POST LIGHT  344820  ALUMINUM

18.1" h x 12.1" sq  A19 bulb, 100 W max (LED avail)
71" h x 3" dia post, 3" pier mount, & base cover sold separately 

SHOWN: NATURAL IRON FINISH / CLEAR GLASS OVER OPAL GLASS   US PATENT D651,737S

OUR OUTDOOR FIXTURES ARE MADE OF  

DURABLE, RUSTPROOF ALUMINUM.
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DOUBLE BANDED  335796  ALUMINUM PIER MOUNT

12.8" h x 7.3" sq  A19 bulb, 100 W max (LED avail)
Options available: cover cap, 3" pier mount, 23" h or 71" h square 
post, post light and pier mount with round collar
SHOWN: NATURAL IRON FINISH / OPAL GLASS

shown with  
optional pier mount 
and cover cap

PROVINCE  365650  ALUMINUM SEMI-FLUSH

4.7" h x 14.5" dia  A15 bulbs (2), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS

BANDED  345895  ALUMINUM POST LIGHT

22.25" h (w/o post) x 7.25" sq  A19 bulb, 150 W max (LED avail)
Options available: cover cap, 3" pier mount, 23" h or 71" h square 
post, post light and pier mount with round collar
SHOWN: NATURAL IRON FINISH / OPAL GLASS
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Banded ceiling-hung fixture sizes available

Large 
365894

22"

14"

Medium
365893

18.4"

10.8"

12.6"

Small 
365892

7.7"

BANDED MEDIUM  365893  ALUMINUM PENDANT

18.4" h x 10.8" sq  A19 bulb, 150 W max
SHOWN: BLACK FINISH/STONE GLASS CYLINDER

Province sconce sizes available

Large
305655

10.2" 7.1"

Medium
305650

8.5" 6"

PROVINCE MEDIUM  305650  ALUMINUM SCONCE

12.2" h x 8.5" w x 6" d  A15 bulb, 60 W max
SHOWN: BRONZE FINISH / STONE GLASS

15.4"
12.2"
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TOUROU  366007  ALUMINUM PENDANT

16.6" h x 10.25" sq  A19 bulb, 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS

TOUROU  356005  ALUMINUM SEMI-FLUSH

12.3" h x 8.3" sq  A19 bulb, 75 W max (LED avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS

TOUROU LARGE  306008  ALUMINUM SCONCE

13.9" h x 8.3" w x 9.9" d  A19 bulb, 100 W max (LED avail)
SHOWN: BLACK FINISH / STONE GLASS   US PATENT D535,427S

Tourou sconces sizes available

Small
306006

5.3"

Medium
306007

11.4"

6.8"

Large
306008

13.9"

8.3"

7.4"
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TOUROU MEDIUM  306002  ALUMINUM SCONCE

13.8" h x 8.5" w x 9.1" d  A19 bulb, 150 W max
SHOWN: BLACK FINISH / OPAL GLASS

Tourou sconce sizes available

Small
306001

7"

11.1"

Medium
306002

8.5"

13.8"

Large
306003

10.5"

17.2"

Tourou post light sizes available

Large
346013

Medium
346011

8.2"11.9"

14.2"

19.1"

TOUROU LARGE  346013  ALUMINUM POST LIGHT

19.1" h x 11.9" sq (w/o post)  A19 bulb, 150 W max (fluorescent avail)
optional base cover avail  3" pier mount, 23" h or 71" h sq post avail
SHOWN: BLACK FINISH / STONE GLASS
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left: FORGED VERTICAL BAR  347288  ALUMINUM

22.25" h x 7.5" sq (w/o post)  A19 bulb, 150 W max (LED avail)
3" pier mount, 23" h or 71" h sq post avail  optional cover cap avail
post light and pier mount with round collar avail
SHOWN: NATURAL IRON FINISH / OPAL GLASS

FORGED VERTICAL BAR MEDIUM  307286  ALUMINUM SCONCE

18.8" h x 6.5" w x 5.7" d  A19 bulb, 100 W max (LED avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS

Forged Vertical Bar sconce sizes available

 Large
307287

7.8"

23.5"

 Medium
307286

6.5"

18.8"

Small
307285

5"

15"

Sonora sconce sizes available

 Large
307115

 Medium
307110

Small
307105

6"

14"

10.6"

24.6"

8.3"

19.2"

SONORA LARGE  307115  ALUMINUM SCONCE

24.6" h x 10.6" w x 7.5" d  A19 bulb, 100 W max (LED avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS
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PORTABLES



OUR OPTICAL TECHNOLOGY CONTINUES TO EVOLVE.

THE ENCOUNTER TABLE LAMP OFFERS A PERFECT EXAMPLE.

THE LED ILLUMINATION TRAVELS THROUGH A HAND-SHAPED  

LIGHT GUIDE THAT MIMICS THE CURVES OF THE STEEL SCULPTURE. 
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CITYSCAPE  277820
20.1" OAH  11.2" x 12.8" footprint 
MR16 halogen bulbs (2), 50 W max  dimmer
SHOWN: VINTAGE PLATINUM FINISH

ENCOUNTER  272880
15" OAH  7.9" footprint  dedicated LED lamping  dimmer
SHOWN: DARK SMOKE FINISH

alternate view
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DISQ  272865
19.7" OAH  15" w x 17.6" d  7.1" sq footprint 
dedicated LED lamping  220˚ rotation  dimmer
SHOWN: DARK SMOKE FINISH /  SPUN FROST SHADE

right: DISQ ARC  234510
88" OAH  85.5" w x 23" d  21" x 34.6" footprint 

dedicated LED lamping  dimmer
SHOWN: BURNISHED STEEL FINISH /  SPUN FROST SHADE

GLOSS WHITE FINISH 

AVAILABLE ON SELECT 

PRODUCTS. SEE WEBSITE  

FOR COMPLETE LIST.
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right: HENRY  242215
60.8" OAH  11" dia footprint  A19 bulb, 60 W max  dimmer

SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

NEW

NEW HENRY  272840
27.1"  OAH x 20.4" w  7.5" dia footprint
A19 bulb, 60W max  dimmer
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

NEW BOB  272845  BRASS ACCENTS

24.25"  OAH x 11.75" w  7.5" dia footprint
A19 bulb, 60W max  dimmer

alternate view

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE  

NOW AVAILABLE ON  

ALL INDOOR PRODUCTS. 
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ERLENMEYER  277810
19.4" OAH  10.3" dia footprint  A19 bulb, 60W max
SHOWN: DARK SMOKE FINISH   US PATENT D761,993

ERLENMEYER  247810
51" OAH  11.3" dia footprint  A19 bulb, 60W max
SHOWN: DARK SMOKE FINISH

GALLERY TWOFOLD  273050
24.7" OAH  4" sq footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 15.5" NATURAL ANNA DRUM SHADE
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PLUTO  242210
68.1" OAH  12.4" w x 11" dia  11" dia footprint 
G16.5 bulbs (2), 60 W max  dimmer
SHOWN: BRONZE FINISH / OPAL GLASS BOWLS  US PATENT D731,695 

PLUTO  274120
19.3" OAH  9.1" d x 8" w  7.5" dia footprint 
A19 bulb, 100 W max  dimmer
SHOWN: BRONZE FINISH / OPAL GLASS BOWLS  US PATENT D731,695
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FACET  232850
65.9" OAH  11.25" sq footprint  A19 bulb, 100 W max 
SHOWN: DARK SMOKE FINISH /  20" NATURAL ANNA EMPIRE SHADE

FACET  272850
33.7" OAH  7" sq footprint  A19 bulb, 100 W max  dimmer
SHOWN: BURNISHED STEEL FINISH /  18" ECLIPSE EMPIRE SHADE

FLUX  272930  ALUMINUM

24.1" OAH  6.25" dia footprint  A19 bulb, 100 W max   dimmer
SHOWN: SOFT GOLD FINISH / 15.5" NATURAL ANNA DRUM SHADE
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REACH  272860
21.9" OAH  7.5" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 7" METAL NORD DROP SHADE

REACH  232860 
55.2" OAH  10.9" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: BURNISHED STEEL FINISH / 13" ECLIPSE NORD DROP SHADE  US PATENT D744,693

right: MOBIUS ARC  234505
66.3" - 89.3" adjustable ht range  13.3" d footprint
A19 bulb, 100 W max  dimmer  shade swivel  125o base rotation
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE







See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 99HUBBARDTONFORGE.COM

PRODUCT   |   PORTABLES

CAVALETTI  277670
15.3" OAH  5.5" x 14" footprint  A19 bulbs (2), 60 W max  dimmer
SHOWN: BURNISHED STEEL FINISH /  20" ECLIPSE BOX SHADE

CAVALETTI  237670
65.2" OAH  9.5" x 13.5" footprint  A19 bulb, 100 W max  dimmer
SHOWN: BURNISHED STEEL FINISH / 23" ECLIPSE BOX SHADE
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BRINDILLE  237660
60.7" OAH  11" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 18" NATURAL ANNA DRUM SHADE

BRINDILLE  277660
16.7" OAH  16" x 6.5" footprint  A19 bulbs (2), 60 W max  dimmer
SHOWN: SOFT GOLD FINISH / 20" ECLIPSE BOX SHADE

left: BRINDILLE  277660
16.5" OAH  16" x 6.5" footprint  A19 bulbs (2), 60 W max  dimmer
SHOWN: BURNISHED STEEL FINISH / 20" NATURAL ANNA BOX SHADE
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LINO  273085
25.3" OAH  4.6" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 18" DOESKIN EMPIRE SHADE 

FULLERED IMPRESSIONS LARGE  272678
29" OAH  11.3" x 12.8" footprint  A19 bulb, 150 W max
SHOWN: DARK SMOKE FINISH / 17" DRUM SHADE   SMALL / 22" H VERSION: 272674

FORMAE CONTEMPORARY  232720
58.1" OAH  12" x 8.6" footprint
A19 bulbs (2), 100 W max  dimmer
SHOWN: BRONZE FINISH / 19.5" DOESKIN OVAL SHADE OVER

OPAL GLASS DIFFUSERS   US PATENT D608,045
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MOREAU  233070
62.6" OAH  11.3" sq footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 22" ECLIPSE EMPIRE SHADE  US PATENT D726,953

MOREAU TALL  273077
33.4" OAH  10.4" dia footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 20" NATURAL ANNA EMPIRE SHADE   US PATENT D693,050S



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 104 HUBBARDTONFORGE.COM

PRODUCT   |   PORTABLES

ANTASIA  272800
27.4" OAH  6" sq base  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 15.5" ECLIPSE DRUM SHADE

ANTASIA  272815
24.7" OAH  9.12" x 5.5" base  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 17" ECLIPSE OVAL SHADE

ANTASIA  232810
58.6" OAH  9.5" sq base  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 18" DOESKIN DRUM SHADE 
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FOLIO  272920
25.1" OAH  5.5" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: BRONZE FINISH / 18" NATURAL ANNA DRUM SHADE   US PATENT D755,435

FOLIO  233080
59.6" OAH  11" dia base  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 20" FLAX DRUM SHADE
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GALLERY SPIRAL  273030
22.9"OAH  4" sq footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 15.5" NATURAL ANNA DRUM SHADE

GALLERY SINGLE TWIST  272820
24.3" OAH  4.5" dia footprint  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 11.5" ECLIPSE DRUM SHADE

alternate view
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STASIS  272665
28.3" OAH  8.3" x 12.2" footprint 
A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE   US PATENT D537,975S

STASIS  232665
58.5" OAH  13.5" x 14.2" footprint  
A19 bulb, 100 W max  dimmer
SHOWN: BRONZE FINISH / PEARL GLASS TUBE   US PATENT D543,656S 
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STASIS  232666
58.5" OAH  13.5" x 14.2" footprint  
A19 bulb, 150 W max  dimmer
SHOWN: BLACK FINISH / 19" NATURAL ANNA DRUM SHADE   US PATENT D543,656S

STASIS  272666
28.3" OAH  8.3" x 12.2" footprint 
A19 bulb, 150 W max  dimmer
SHOWN: BRONZE FINISH / 16" NATURAL ANNA DRUM SHADE   US PATENT D537,975S
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ALMOST INFINITY MEDIUM  272686
27" OAH  6.75" sq footprint  A19 bulb, 150 W max  dimmer 
SHOWN: BRONZE FINISH / 14" NATURAL ANNA DRUM SHADE   US PATENT D577,457S

ALMOST INFINITY LARGE  272687 
31" OAH  8" sq footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 15" ECLIPSE DRUM SHADE   US PATENT D577,457S

ALMOST INFINITY  232686
59.5" OAH  11" sq footprint  A19 bulb, 150 W max
SHOWN: MAHOGANY FINISH / 18" DOESKIN DRUM SHADE   US PATENT D577,457S
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ROOK  234901
60" OAH  11.8" x 8.5" footprint  A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / 20" ECLIPSE DRUM SHADE OVER OPAL GLASS DIFFUSER

ROOK  234903
65.8" OAH  11.8" x 8.5" footprint 
A19 bulbs (2), 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / STONE GLASS TUBES
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TALL METRA TWIN  248416
74.7" OAH  8.4" x 12.7" footprint
B bulbs (2), 60 W max  dimmer
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBES

TAPER  249642
71" OAH  11.5" sq footprint
A19 bulb, 150 W max  dimmer
SHOWN: DARK SMOKE FINISH / OPAL GLASS BELL

METRA TWIN  268413
31.3" OAH  6.75" x 4.25" footprint
B bulbs (2), 40 W max 
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBES
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METRA DOUBLE  248421
57.2" OAH  10" sq footprint  A19 bulb, 150 W max
SHOWN: MAHOGANY FINISH / 19" TERRA CONIC SHADE 

METRA DOUBLE  268421
26.9" OAH  5" sq footprint  A19 bulb, 150 W max
SHOWN: DARK SMOKE FINISH / 15" DOESKINW CONIC SHADE  

METRA DOUBLE  268422
18.25" OAH  5" sq footprint  G16.5 bulbs (4), 40 W max
SHOWN: MAHOGANY FINISH / OPAL GLASS BOWL
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METRA QUAD  269411
26" OAH  5" sq footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 17" TERRA CONIC SHADE  

METAMORPHIC CONTEMPORARY  241952
54" - 69" adjustable ht  9" x 12" footprint 
360-degree rotation  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 21" DOESKIN CONIC SHADE

METAMORPHIC  261962 
27" - 33" adjustable ht  8.5" x 6.5" footprint 
360o rotation  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 15" TERRA CONIC SHADE 
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FORGED LEAVES & VASE  266760 
26.4" OAH  6" dia footprint  A19 bulb, 150 W max
SHOWN: DARK SMOKE FINISH / 15" DOESKIN CONIC SHADE

FORGED LEAVES WITH GLASS  266792
18" OAH  8.5" x 7" oblong footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBE

FORGED LEAVES & VASE  246761 
56" OAH  10" dia footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 17" DOESKIN CONIC SHADE
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SIMPLE LINES WITH SWING ARM  242050
56" OAH  10" dia footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 15" TERRA CONIC SHADE

SIMPLE LINES  242051
58" OAH  16" footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 17" DOESKIN CONIC SHADE
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TWIST BASKET  242161
54.75" OAH  10" dia footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 17" DOESKIN CONIC SHADE

TWIST BASKET WITH SWING ARM  242160  
61.5" OAH  10" dia footprint  swing arm extends 10" 
 A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 16" DOESKIN CONIC SHADE
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SIMPLE LINES  262072
27" OAH  6" dia footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 16" TERRA CONIC SHADE

TWIST BASKET  265001  
25.5" OAH  6" dia footprint  A19 bulb, 150 W max
SHOWN: NATURAL IRON FINISH / 15" NATURAL LINEN CONIC SHADE

TWIST BASKET SMALL   265101 
16.5" OAH  4" dia footprint  A19 bulb, 75 W max
SHOWN: NATURAL IRON FINISH / 9" NATURAL LINEN CLIP SHADE, INCL
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NEW VITRAGE  139830
43.3" w x 26.4" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

KAIROS  139765
27.6" square  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

GEOMETRY AND LED GO HAND-IN-HAND TO CREATE THIS 

CONTEMPORARY PENDANT. THREE CABLES ALLOW FOR  

THE VITRAGE TO HANG ON AN EVEN PLANE OR AT AN ANGLE. 

THE BODY OF THE PENDANT, CRAFTED FROM FORGED STEEL,  

IS AVAILABLE IN ANY OF OUR STANDARD FINISHES.

NEW
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NEW CRESCENT  136630
40" dia  A19 bulb, 100W max
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

NEW

HEAVY, HAND-FORGED ELEMENTS COMBINED  

WITH GENTLE CURVES TO CREATE A  

VISUALLY INTRIGUING TENSION BETWEEN THE 

DESIGN ELEMENTS. EACH CURVE OF HEAT-

TEXTURED STEEL SEEMS TO FLOAT ON AN 

UPDRAFT OF AIR AND IS ILLUMINATED BY A  

LIGHT SOURCE SHINING FROM ABOVE.
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NEW TRANSOM  139794
38.5" w  dedicated LED lamping
SHOWN: BLACK FINISH WITH SOFT GOLD ELEMENTS

LIGHT PLAYS THROUGH THE TRANSOM. LED SOURCES BOOKEND 

THE LIGHT GUIDE THAT RESTS AT THE CORE OF THE PENDANT. THE 

INNER AND OUTER LASER-CUT TUBES OF STEEL CREATE DIFFERENT 

PATTERNS OF LIGHT AND SHADOW AS THEY ARE TURNED. THE 

PENDANT IS OFFERED WITH YOUR CHOICE OF TWO-TONE FINISH —  

ONE FOR THE INNER AND ONE FOR THE OUTER RINGS. 
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NEW ZEPHYR  139833
46.3" w x 23.3" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

NEW

AN ORGANIC, ELEGANT SHAPE FLOWS THROUGH THE 

DESIGN OF THE ZEPHYR. THE HEAT-TEXTURED STEEL 

MORPHS INTO THE LIGHT GUIDE – OR DOES THE LIGHT 

GUIDE TURN INTO STEEL? THE RIBBON-LIKE LED LIGHT 

GUIDE BEAUTIFULLY ILLUMINATES THE FINE DETAILS.



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 129HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS





See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 131HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

SUMMER  139753
54.2" w x 16.2" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH W/ VINTAGE PLATINUM TEXTURED ALUMINUM PLATES

left: Summer with clear glass plates

And so with the sunshine and the great bursts of leaves growing on the trees, just as things grow in fast movies,  

                                               I had that familiar conviction that life was beginning over again with the summer. —F. Scott Fitzgerald 

SEASONS SUMMER

BOX KITES AND SAILBOATS AT THE BEACH INSPIRED SUMMER, 

WHICH FEATURES RECTILINEAR LINES AND A NOD TO  

HUBBARDTON FORGE’S ARTS & CRAFTS ROOTS. 

THE

canopy detail
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AUTUMN  139755
53.4" w x 15.8" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

My sorrow, when she's here with me, thinks these dark days of autumn rain are beautiful as days can be;  

                                           she loves the bare, the withered tree; she walks the sodden pasture lane. —Robert Frost

SEASONS AUTUMN

AUTUMN IS INSPIRED BY THE COMPANY’S TRADITIONAL 

HAND-FORGED LEAF DESIGNS, BUT HAS A MORE STYLIZED  

GRAPHIC APPROACH. 

canopy detail

THE
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WINTER  139759
53.4" w x 15.8" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH WITH VINTAGE PLATINUM ACCENTS

I wonder if the snow loves the trees and fields, that it kisses them so gently? 

                                                   And then it covers them up snug, you know, with a white quilt; and perhaps it says 

                                  “Go to sleep, darlings, till the summer comes again.” —Lewis Carrol

SEASONS WINTER

WINTER, THE MOST CONTEMPORARY PIECE OF THE 4 SEASONS COLLECTION,  

HAS MULTIFACETED, POLISHED-ALUMINUM SNOWFLAKES THAT YIELD A  

CRYSTALLINE EFFECT TO CREATE A DRAMATIC DISPLAY OF LIGHT AND SHADOW.

canopy detail

THE
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SPRING  139751
53.4" w x 15.8" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH

“Is the spring coming?” he said. “What is it like?”...

                   “It is the sun shining on the rain and the rain falling on the sunshine...” — Frances Hodgson Burnett

SEASONS SPRING

RAINDROPS CASCADING DOWN A TRELLIS WERE THE INSPIRATION 

BEHIND SPRING. EACH GLASS RAINDROP CAPTURES THE LIGHT, 

RESULTING IN AN UNEXPECTED SPARKLE.

THE

canopy detail
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THETA  139757
53.4" w x 15.8" d  dedicated LED lamping
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

THE THETA SHOWCASES MIXED METALS 

TO CREATE A UNIQUE DESIGN.

TEXTURED STEEL AND ALUMINUM FORM 

THE “SETTING SUN” THAT GIVES A WARM 

GLOW WHEN LIT BY THE LED FRAME.
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CITYSCAPE SMALL  139725
25.5" w x 5.3" d  dedicated LED lamping  cable-hung
SHOWN: BURNISHED STEEL FINISH W/ SOFT GOLD ACCENTS   PATENT PENDING

CITYSCAPE LARGE  139726
51.9" w x 5.3" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH  
W/ VINTAGE PLATINUM ACCENTS   PATENT PENDING

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE  

NOW AVAILABLE ON  

ALL INDOOR PRODUCTS. 
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PLANAR SMALL  139718
12.1" w x 10.6" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH   PATENT PENDING

PLANAR  139720
42.3" w x 8.5" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH   PATENT PENDING

LIFETIME LIMITED WARRANTY  

ON ALL PRODUCTS INCLUDING 

OUR LED FIXTURES.
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FOLIO  137687
37.8" w x 13.2" d  dedicated LED lamping
SHOWN: MAHOGANY FINISH

FOLIO LARGE  137689
63.4" w x 13.2" d  dedicated LED lamping
SHOWN: BRONZE FINISH

left: LANDSCAPE  139727
37.4" w x 5.3" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH
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NEW DUET  136360
46.9" w x 13.8" d  A15 bulbs (2), 60 W max
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

NEW

INSPIRED BY IKEBANA, THE JAPANESE 

ART OF FLOWER ARRANGING, THIS 

ARRANGEMENT WEAVES TOGETHER 

STRANDS OF STEEL PROJECTING FROM 

DOMES FINISHED IN BLACK. EACH 

STRAND IS TIPPED WITH SMALLER BALLS 

OF METAL FINISHED IN SOFT GOLD OR 

VINTAGE PLATINUM.  
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THE FLUX VINTAGE PLATINUM PENDANT  

INTERTWINES POLISHED ALUMINUM FORMS  

WITH THREE SHAPED LED LIGHT GUIDES. 

 FLUX  136520  ALUMINUM

26.5" dia  dedicated LED lamping 
SHOWN: VINTAGE PLATINUM FINISH   PATENT PENDING





See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 151HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

FLUX  136520  ALUMINUM

26.5" dia  dedicated LED lamping
SHOWN: GLOSS WHITE FINISH   PATENT PENDING

FLUX LARGE  136525  ALUMINUM

39.4" dia  dedicated LED lamping
SHOWN: SOFT GOLD FINISH 

 left: FLUX LARGE  136525  SHOWN: SOFT GOLD FINISH 

GLOSS WHITE FINISH 

AVAILABLE ON SELECT 

PRODUCTS. SEE WEBSITE  

FOR COMPLETE LIST.
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DISQ LARGE  139713
23" dia  dedicated LED lamping
SHOWN: GLOSS WHITE FINISH / SPUN FROST FABRIC SHADE

DISQ MEDIUM  139710
15" dia  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH / CORK SHADE

GLOSS WHITE FINISH 

AVAILABLE ON SELECT 

PRODUCTS. SEE WEBSITE  

FOR COMPLETE LIST.
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28.9"

Standard
138587

Size comparison of Aura Pendants

Large-Scale
138589

48"

Bottom view of Bento Pendant

32.8"

138650

AURA LARGE-SCALE  138589
48" dia  dedicated LED lamping  cable-hung
SHOWN: DARK SMOKE FINISH 

BENTO  138650
32.8" dia  dedicated LED lamping  cable-hung
SHOWN: BURNISHED STEEL FINISH 

LIFETIME LIMITED WARRANTY  

ON ALL PRODUCTS INCLUDING 

OUR LED FIXTURES.
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CELESSE  138920
59.7" w x 32" d  T4 capsules (6), 20 W max
SHOWN: BLACK FINISH WITH SOFT GOLD ACCENTS

Gloss White Celesse pendant w/Vintage Platinum accents.

WITH A PLAYFUL, FREE-FLOWING 

DESIGN, THE CELESSE PENDANT 

OFFERS COUNTLESS POSSIBILITIES 

IN ITS COMPOSITION.
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Shown in a horizontal position with 
second suspension cable and anchor, included.

QUILL  135001  ALUMINUM SHADES

16" dia  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH  PATENT PENDING

QUILL  135003  ALUMINUM SHADES

33.9" dia  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH  US PATENT D757,322

left: cluster of six Quill 135001 pendants



160 HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 

NEW QUILL  135005  ALUMINUM SHADES

45.3" dia  dedicated LED lamping
SHOWN: SOFT GOLD FINISH  PATENT PENDING

right: SWITCHBACK  139730
49.8" w x 8.3" d  dedicated LED lamping

SHOWN: BURNISHED STEEL FINISH

Alternate ways to hang:

NEW
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NEW

NEW OTTO  134409  BRASS ACCENTS

57" w x 16.1" d  T3 capsules (10), 20 W max

Alternate ways to hang:
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OTTO  134405  BRASS ACCENTS

28.4" w x 20" d  A19 bulbs (2), 75 W max
SHOWN: STAINLESS MESH TUBE DIFFUSER

OTTO  134407  BRASS ACCENTS

39.6" w x 18.9" d  T3 Capsules (10), 20 W max



OTTO  134405  BRASS ACCENTS

28.4" w x 20" d  A19 bulbs (2), 75 W max
SHOWN: STAINLESS MESH TUBE DIFFUSER
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NEW DIVERGENCE  138930
54.5" dia  A19 bulbs (6), 60 W max
SHOWN: DARK SMOKE FINISH WITH SOFT GOLD ACCENTS

NEW

INTERCONNECTING PIPES AND RODS OF STEEL 

CREATE A 3-D DISPLAY OF LIGHT. DIFFERENT FINISH 

OPTIONS CAN BE SELECTED FOR THE PIPES AND 

THE ROD ACCENT PIECES. USING FROSTED GLOBE 

OR EDISON TUBE BULBS PROVIDE DISTINCTLY 

DIFFERENT LOOKS, EITHER CONTEMPORARY OR 

INDUSTRIAL, RESPECTIVELY.
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NEW HENRY  136340
23.1" dia  A19 bulbs (4), 60 W max
SHOWN: BRONZE AND SOFT GOLD FINISH 

NEW

OUR HENRY PENDANT WITH ITS RIVETED, SPUN-

METAL SHADE AND STARK DESIGN DELIVERS STRONG 

INDUSTRIAL AESTHETICS. A CLOSE LOOK WILL 

REVEAL A LEVEL OF CRAFTSMANSHIP BEYOND THE 

NORM. DIFFERENT FINISH OPTIONS CAN BE CHOSEN 

FOR THE BODY AND SHADE. 

New options for Henry  
mini-pendant 184250,  
Black finish with Vintage 
Platinum shade, see page 268.
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NEW ARBOR  104220
35.4" dia  A19 bulbs (8), 60 W max
SHOWN: SOFT GOLD FINISH 

shown right and detail: Arbor with Dark Smoke finishNEW
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CIRQUE LARGE  104203
27.7" h x 25.3" dia  B bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH   US PATENT D705,475

CIRQUE SMALL  104201
20.7" h x 19" dia  B bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH   US PATENT D705,475

DOUBLE CIRQUE  104205 
27.9" h x 25.4" dia  B bulbs (8), 60 W max
SHOWN: DARK SMOKE FINISH   US PATENT D705,475

DOUBLE CIRQUE  104205 
27.9" h x 25.4" dia  B bulbs (8), 60 W max
SHOWN: SOFT GOLD FINISH   US PATENT D705,475

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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LARGE-SCALE DOUBLE CIRQUE  194248
51.1" h x 48.3" dia  B bulbs (12), 60 W max
SHOWN: DARK SMOKE FINISH   US PATENT D705,475

Size comparison of Cirque chandeliers 

Cirque Small
104201

19"

20.7"

Large-Scale Double Cirque
194248

48.3"

51.1"

Cirque Large
104203

25.3"

27.7"

Double Cirque
104205

25.3"

27.9"

right: DOUBLE CIRQUE  104205
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LISSE  106030
17.6" h x 28.3" dia  G9 halogen bulbs (10), 60W max / 25 W incl
SHOWN: SOFT GOLD FINISH / FROSTED GLASS DIFFUSERS

LISSE  192043
21.9" h x 43.3" dia  G9 halogen bulbs (20), 40W max / 25 W incl
SHOWN: BRONZE FINISH

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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FLORA  103043
30.9" h x 23.1" dia  G9 halogen bulbs (6), 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOMES 

FLORA  103043
30.9" h x 23.1" dia  G9 halogen bulbs (6), 60 W max, incl
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR GLASS DOMES OVER OPAL GLASS TUBES

MOBIUS  103305
31" h x 24.6" dia  G9 halogen bulbs (6), 25 W max, incl
SHOWN: DARK SMOKE FINISH 
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CORONA  136501
26.9" dia  G9 halogen bulbs (6), 40 W max, incl
SHOWN: DARK SMOKE FINISH      US PATENT D703,365S

CORONA LARGE  136505
35.1" dia  G9 halogen bulbs (6), 60 W max, incl
SHOWN: DARK SMOKE FINISH       US PATENT D703,365S

CORONA TRIPLE  136510
 32.3" dia  G9 halogen bulbs (12), 40 W max
SHOWN: DARK SMOKE FINISH     US PATENT D703,365S

CORONA SMALL  136500
19.5" dia  G9 halogen bulbs (4), 40 W max, 25 W incl
SHOWN: DARK SMOKE FINISH    US PATENT D703,365S
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MOREAU  136555
49.6" w x 24" d  G9 halogen bulbs (6), 60 W max, 25 W incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWLS

MOREAU  136550
27" dia  G9 halogen bulbs (3), 60 W max, incl
SHOWN: DARK SMOKE FINISH / SAND GLASS BOWLS

MOREAU  104325 
40.4" dia  G9 halogen bulbs (7), 60 W max, 40 W incl
SHOWN: DARK SMOKE FINISH / SAND GLASS BOWLS

right: TRIPTIC  138905
45" w x 7.4" d  R14 bulbs (3), 40 W max

SHOWN: GLOSS WHITE FINISH
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FINN  138901
18.2" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

FINN  185100
5.7" dia  A19 bulb, 100 watt max
SHOWN: DARK SMOKE FINISH

left: ORB  103307
24.4" h x 22.5" dia  G bulbs (6), 60 W max
SHOWN: BURNISHED STEEL FINISH 

TREBLE  136330
24.6" w x 25.5" d  A15 bulbs (3), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS
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left: AURA  138585
28.9" dia  G9 halogen bulbs (6), 60 W max, incl  cable-hung
SHOWN: DARK SMOKE FINISH

28.9" & 48" LED VERSIONS AVAILABLE, SEE PAGE 154 

48"

Size comparison of Aura LED pendants

Large-Scale
138589

20 - 85"

standard  
cable lengths

Standard
138587

28.9"

18- 85"

standard  
cable lengths

AURA LARGE-SCALE  138589
48" dia  dedicated LED lamping  cable-hung
SHOWN: DARK SMOKE FINISH 
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KIRIGAMI  133303
28.5" dia  A19 bulbs (3), 60 W max
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE  US PATENT D660,501S

Size comparison of Kirigami 3- and 4-light pendants

4-light 
133305

3-light 
133303

28.5" dia

KIRIGAMI  133305
23.7" sq  A19 bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH / NATURAL CORK SHADE  US PATENT D660,501S

right: KIRIGAMI  133303
28.5" dia  A19 bulbs (3), 60 W max

SHOWN: DARK SMOKE FINISH /SPUN AMBER SHADE  US PATENT D660,501S

23.7"
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ICARUS  133360
46" dia  120V, GU10, MR16 halogen bulbs (3), 50W max
SHOWN: BURNISHED STEEL FINISH / SPUN FROST FABRIC SHADES

Natural Cork veneer 
gives a warm glow to the 

Icarus, Kirigami,  
 and Mobius collections.

  Natural Cork          Spun Frost Fabric                     Spun Amber Fabric        

ICARUS, KIRIGAMI AND MOBIUS PENDANTS ARE AVAILABLE 

IN THE FOLLOWING SHADE COLORS:



  Natural Cork          Spun Frost Fabric                     Spun Amber Fabric        
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MOBIUS PENDANTS ARE AVAILABLE IN:   

Spun Frost                         Spun Amber                       Natural Cork

MOBIUS  134501
17.5" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / NATURAL CORK SHADE  US PATENT D668,373S

MOBIUS SHORT  134503
25.4" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE  US PATENT D660,504S

MOBIUS TALL  134505
13.5" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / SPUN AMBER FABRIC SHADE

left: MOBIUS  134501
17.5" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE  US PATENT D668,373S
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EXOS DOUBLE SHADE MEDIUM  139605
23" dia  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: BLACK FINISH / 22" DOE DRUM SHADE OVER NATURAL LINEN SHADE

EXOS DOUBLE SHADE MEDIUM  139605
23" dia  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: VINTAGE PLATINUM FINISH / 22" FLAX DRUM SHADE OVER FLAX SHADE

EXOS DOUBLE SHADE SMALL  139602
16.1" dia  A19 bulb, 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH /  15" CORK DRUM SHADE OVER NATURAL ANNA SHADE

EXOS DOUBLE SHADE LARGE  139610
28" dia  A19 bulbs (3), 100 W max (fluorescent avail) 
SHOWN: NATURAL IRON FINISH /  28" ECLIPSE DRUM SHADE OVER NATURAL LINEN SHADE

left: EXOS DOUBLE SHADE LARGE-SCALE  194636
37.2" d  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / 36" FLAX DRUM SHADE OVER NATURAL ANNA SHADE

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE  

NOW AVAILABLE ON  

ALL INDOOR PRODUCTS. 
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EXOS SQUARE DOUBLE SHADE LARGE  139635
24.6" sq  A19 bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH / 24"  ECLIPSE SQUARE SHADE OVER  
NATURAL ANNA SHADE    US PATENT D716,487

EXOS SQUARE DOUBLE SHADE SMALL  139625
16.6" sq  A19 bulbs (2), 60 W max
SHOWN: DARK SMOKE FINISH / 16" FLAX SQUARE SHADE OVER  
NATURAL ANNA SHADE    US PATENT D716,487

EXOS SQUARE DOUBLE SHADE  139630
20.6" sq  A19 bulbs (4), 75 W max
SHOWN: DARK SMOKE FINISH / 20"  FLAX SQUARE SHADE OVER 
NATURAL ANNA SHADE    US PATENT D716,487

ONDRIAN SINGLE  136303
22" dia  A19 bulbs (2), 100 W max (fluorescent avail) 
bottom glass diffuser
SHOWN: DARK SMOKE FINISH / 22" ECLIPSE DRUM SHADE
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ARBO  136620
24" dia  A19 bulbs (3), 100 watt max 
SHOWN: DARK SMOKE FINISH / 22" FLAX DRUM SHADE 

FOLIO  137685
22" dia  A19 bulbs (3), 100 watt max
SHOWN: DARK SMOKE FINISH / 22" NATURAL ANNA DRUM SHADE

IMPRESSIONS LARGE  136753
18.4" dia  A19 bulbs (3), 100 W max (fluorescent avail)  
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE

AXIS MEDIUM  136403
19.3" dia  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS TUBE
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ERLENMEYER  137725
48" w x 5.3"d  G9 halogen bulbs (5), 40 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR THICK BLOWN-GLASS CONES  US PATENT D716,488

left: ERLENMEYER  137720
20.3" sq  G9 halogen bulbs (4), 40 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR THICK BLOWN-GLASS CONES  US PATENT D716,488

AO Glass Options Available for the Erlenmeyer pendants

CLEAR BUBBLE GOLD BUBBLE BLUE BUBBLE

OCEANUS  137675  ALUMINUM

42" w x 8" d  A19 bulbs (4), 60 W max  cable-hung 
SHOWN: VINTAGE PLATINUM FINISH / 42" FLAX MARQUISE SHADE
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STREAM  137680
42" w x 8.5" d  A19 bulbs (4), 60 W max  cable-hung
SHOWN: BRONZE FINISH / 42" NATURAL ANNA MARQUISE SHADE

left: FACET  137620
48" w x 6" d  A19 bulbs (4), 60 W max  cable-hung
SHOWN: BURNISHED STEEL FINISH / 48" ECLIPSE BOX SHADE

MOREAU  137655 
42" w x 10" d  A19 bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH / 42" DOESKIN BOX SHADE
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CURRENT  137650
42" w x 8" d  A19 bulbs (4), 60 W max  cable-hung 
SHOWN: DARK SMOKE FINISH / 42" NATURAL ANNA MARQUISE SHADE  US PATENT D681,260S

CAVALETTI  137670
42" w x 10" d  A19 bulbs (4), 60 W max
SHOWN: BURNISHED STEEL FINISH / 42" NATURAL ANNA BOX SHADE
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BRINDILLE  137660
42" w x 10" d  A19 bulbs (4), 60 W max
SHOWN: BURNISHED STEEL FINISH / 42" NATURAL ANNA BOX SHADE 

BRINDILLE  137665
22" dia  A19 bulbs (3), 100 W max
SHOWN: DARK SMOKE FINISH / 22" NATURAL ANNA DRUM SHADE
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VP BRINDILLE

BRINDILLE  137660
42" w x 10" d  A19 bulbs (4), 60 W max
SHOWN: VINTAGE PLATINUM FINISH / 42" ECLIPSE BOX SHADE 



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 206 HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

ARC ELLIPSE  188200 
9" w x 3.6" d  A15 bulb, 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS OVAL TUBE   US PATENT D613,896 

ARC ELLIPSE MEDIUM  188250
12.9" w x 5.3" d  A19 bulb, 100 W max (fluorescent avail) 
SHOWN: DARK SMOKE FINISH / STONE GLASS OVAL TUBE   US PATENT D613,896 

ARC ELLIPSE  137523 
25.5" w x 5.25" d  A15 bulbs (3), 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS OVAL TUBES   US PATENT D613,896 

ARC ELLIPSE  137525
41.9" w x 5.25" d  A15 bulbs (5), 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS OVAL TUBES   US PATENT D613,896 
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Size comparison of Arc Ellipse pendants

Standard
137525

41.9"

Large-Scale
137527

62.9"



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 208 HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

ALL ELLIPSE DESIGNS ARE AVAILABLE 

IN FLUORESCENT OR 

INCANDESCENT VERSIONS.

ELLIPSE CIRCULAR STANDARD  137530 
30" dia  G9 halogen bulbs (9), 60 W max, incl (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS OVAL TUBES

Size comparison of  Ellipse Circular pendants

Large-Scale
137531

48"

Standard
137530

30"
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Width and depth views of the Draped Loop pendantDRAPED LOOP  133155
38" w x 13.5" d  A19 bulbs (2), 150 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL   US PATENT D574,547S

13.5"38"
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Oval Mackintosh pendant sizes available

41"

Large
134328

Small
134322

23.6"

Medium
134325

32.5"
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ONDRIAN  138552
26" w x 24" d  A19 bulbs (3), 100 W max
SHOWN: DARK SMOKE FINISH / SAND GLASS BOWL  US PATENT D 494,303 S

STEPPE  137710
39.7" w x 8" d  A19 bulbs (4), 100 W max 
SHOWN: DARK SMOKE FINISH / IVORY ART GLASS WITH OPAL BOTTOM GLASS DIFFUSER

INTERSECTIONS MEDIUM  137605 
24.3" w x 6.5" d  A19 bulbs (2), 100 W max
SHOWN: DARK SMOKE FINISH / AMBER SWIRL FORMED ART GLASS    US PATENT D 592,794

Intersections pendant sizes available

36.4"

Large
137610

Medium
137605

24.3"

left: OVAL MACKINTOSH LARGE  134328
41"w x 13.8" d  A19 bulbs (2), 150 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS OVAL BOWL
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ONDRIAN TIERED  136310
19.7" w x 19.5" d  G9 halogen bulbs (4), 60 W max, incl
SHOWN: BURNISHED STEEL FINISH / STONE GLASS TUBES 

ONDRIAN TIERED  136315
 28.5" w x 27.5" d  G9 halogen bulbs (12), 60 W max, incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBES

right: ONDRIAN TIERED  136305
42.4" w x 25" d   G9 halogen bulbs (6), 60 W max, incl (fluorescent avail)

SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBES    US PATENT D634,887
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APERTURE  137901
37.3" w x 2.9" d  G4 bulbs (5), 10 W max  LED 3 W G4 bulbs incl
SHOWN: DARK SMOKE FINISH / GLASS DIFFUSERS

STACCATO  134915 
57" w x 11.2" d  G9 halogen bulbs (10),  25 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBES   US PATENT D703,372S

left: EXOS WAVE  137545
43.1" w x 2.3" d  independently rotating lights for a depth range of 2.3" - 7.6"
G9 halogen bulbs (5), 60 W max, incl
SHOWN: DARK SMOKE FINISH / WHITE FORMED ART GLASS   US PATENT D592,795   62" WIDE VERSION:137547  

BENT PLANE  137581
41.5" w x 8.5" d  G9 halogen bulbs (4), 60 W max, incl 
SHOWN: BURNISHED STEEL FINISH   US PATENT D575,892S
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WREN  136605
40" w x 5.1" d  G9 halogen bulbs (5), 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR GLASS BELLS OVER OPAL GLASS TUBES

WREN  186600 (page 289)  on Custom 5-light canopy in 
spiral configuration 

right: WREN  136605
 40" w x 5.1" d  G9 halogen bulbs (5), 60 W max, incl

SHOWN: DARK SMOKE FINISH / OPAL GLASS BELLS
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PLUTO  137805
42" w x 8.8" d  G bulbs (5), 60 W max 
SHOWN: BURNISHED STEEL FINISH / CLEAR GLASS GLOBES  US PATENT D731,695

PLUTO  137805
42" w x 8.8" d  G bulbs (5), 60 W max 
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS GLOBES  US PATENT D731,695
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TRESTLE  132200
54.25" w x 10.5" d  G9 halogen bulbs (4), 60 W max, incl 
bottom glass diffusers
SHOWN: DARK SMOKE FINISH / 10" ECLIPSE DRUM SHADES   US PATENT D592,787

Downlight shown with 9" glass tubes

THE UP- AND DOWN-LIGHT 

TRESTLE PENDANTS SHOWN HERE 

ARE ALSO AVAILABLE WITH 

9" GLASS TUBES AND DIFFUSERS. 
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TRESTLE DOWNLIGHT  132205 
50.6" w x 10.5" d  G9 halogen bulbs (4), 60 W max, incl 
top & bottom glass diffusers
SHOWN: DARK SMOKE FINISH / 10.5" FLAX DRUM SHADES

TRESTLE  132200
54.25" w x 10.5" d  G9 halogen bulbs (4), 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS BOWLS   US PATENT D592,787S
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PRESIDIO TRYNE  194436
71.6" h x 40.8" dia   A19 bulbs (6), 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS BOWL

  Note — The weight of this fixture requires direct-to-joist, beam or 
overlay attachment independent of the electrical junction box.

Size comparison of Presidio Tryne pendants

Large-Scale 
194436

71.6"

40.8"

Large-Scale 
194430

28.1"

35.1"

Standard 
124442

23.7"

28.6"

shown on page 306
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PRESIDIO TRYNE  194430
28.1" h x 35.1" dia  A19 bulbs (3), 100 W max
SHOWN: MAHOGANY FINISH / OPAL GLASS BOWL

  Note — The weight of this fixture requires direct-to-joist, beam or  
overlay attachment independent of the electrical junction box.

chain-hung verison 194431

COMPASS  194530
33.4" h x 34.2" d  A19 bulbs (3), 100 W max
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS BOWL 
DIRECT-TO-CEILING VERSION OF CUSTOMIZABLE HEIGHT: 19453000   US PATENT D592,796

  Note — The weight of this fixture requires direct-to-joist, beam or  
overlay attachment independent of the electrical junction box.

Size comparison of Compass pendants

33.4"

34.2"

Large-Scale 
194530

Standard 
124560 

24.1"

27.4"

shown on page 304
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Almost Infinity pendants are available in two sizes

MODERN PRAIRIE  132125 
42.4" l x 11.4" w  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / STONE GLASS BELLS

ALMOST INFINITY LARGE  131234
42.5" w x 15" d  A19 bulbs (2), 100 W max
SHOWN: BRONZE FINISH / 15" DOESKIN DRUM SHADES WITH OPAL GLASS GLOBES   US PATENT D574,547S

Small
131224

34"

Large
131234

42.25"
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BEACON HALL  104815
24.6" h x 22" dia  A19 bulbs (4), 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / 22" TERRA DRUM SHADE OVER GLASS TUBES 
 US PATENT D630,375S

PICCADILLY  101501
24.5" h x 14.6" dia  CA-10 bulbs (4), 60 W max
SHOWN: BRONZE FINISH / CLEAR GLASS BOWL OVER OPAL GLASS TUBES

PICCADILLY  101503
22.7" h x 34.5" dia  CA-10 bulbs (12), 60 W max
SHOWN: DARK SMOKE FINISH / OVER OPAL GLASS TUBES
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8-Arm
103280

15.4"

29.6"

6-Arm
103260

15.4"

22.9"

Size comparison of New Town Chandeliers
8-Arm Large
103285

35.6"

4-Arm
103250

15.4"

14.1"

NEW TOWN  103260
15.4" h x 22.9" w x 14.2" d  B bulbs (6), 60 W max
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR HURRICANE GLASS

NEW TOWN  103290
15.2" h x 30" dia  B bulbs (10), 60 W max
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR HURRICANE GLASS

NEW TOWN  103250
15.4" h x 14.1" sq   B bulbs (4), 60 W max
SHOWN: BRONZE FINISH SEEDED CLEAR HURRICANE GLASS

right: NEW TOWN LARGE  103285
22" h x 35.6" w x 16.9" d  B bulbs (8), 60 W max

SHOWN: BRONZE FINISH / SEEDED CLEAR HURRICANE GLASS  SMALLER VERSION: 103280

22"
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Size comparison of Berceau chandeliers

BERCEAU  101281
25.5" h x 25" dia  B bulbs (5), 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBES

BERCEAU  101283
32.3" h x 32" dia  B bulbs (7), 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS TUBES

32"

7-Arm
101283

5-Arm
101281

25.5"

25"

32.3"
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CONSTELLATION  104305
19.3" h x 34" dia  G9 halogen bulbs (8), 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR GLASS TUBES OVER OPAL GLASS TUBES

Antasia designs are available in a pendant 
and a semi-flush

ANTASIA  144710
23.7" h x 21.7" dia  A19 bulb, 100 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / SAND GLASS BOWL WITH INNER DOME DIFFUSER

Semi-flush
124710

Pendant
144710

21.7"

22.3"
23.7"

9.3"
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AEGIS  101261
26.8" h x 31.3" dia  G9 halogen bulbs (5),  60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWLS

left: AEGIS  101263 
30.1" h x 31.3" dia  G9 halogen bulbs (7), 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS BOWLS

AEGIS  101260
18.1" h x 22.3" dia  G9 halogen bulbs (3),  60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWLS

Size comparison of Aegis chandeliers 

7-Arm w/bottom glass
191236

50.6"

46.3"

3-Arm
101260

5-Arm w/bottom glass
101263

10-Arm
191248

22.3"

18.1" 30.1"

26.8" w/o  
bottom glass, 

101261

31.3"

39"

36.6"

33.6" w/o  
bottom glass,

191237
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AEGIS  191248
46.3" h x 50.6" dia  G9 halogen bulbs (10), 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWLS

  Note — The weight of these fixtures requires direct-to-joist, beam or  
overlay attachment independent of the electrical junction box. 
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Large-Scale 
194156

57.5"

53.3"

Ribbon chandeliers options available

5-arm
104105 / 104115

29.8"

28.8"

12-arm
104107

37.3"

38.6"

RIBBON  104107
38.6" h x 37.3" dia  A bulbs (12), 75 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS DOMES   US PATENT D638,983S
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opaque glass version: 104106

RIBBON OVAL  104116
27.8" h x 38.5" w x 24.5" d  G9 halogen bulbs (6), 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR GLASS DOMES OVER OPAL GLASS TUBES

RIBBON  104105
29.8" h x 28.8" dia  A19 bulbs (5), 100 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / STONE GLASS DOMES   US PATENT D638,983S

FLORA  103045 
19.9" h x 22.2" dia  G9 halogen bulbs (5), 60 W max, incl
19.4" dia 3-light version: 103047
SHOWN: DARK SMOKE FINISH / SEEDED GLASS DOMES OVER OPAL GLASS

left: RIBBON  104115
29.8" h x 28.8" dia  G9 halogen bulbs (5), 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR GLASS DOMES OVER OPAL GLASS TUBE 
US PATENT D638,983 
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FLORA  103035 
34.6" h x 15.8" dia  G9 halogen bulbs (5), 60 W max, incl
SHOWN: DARK SMOKE FINISH / PEARL GLASS DOMES

FLORA  103033 
26.5" h x 15.8" dia  G9 halogen bulbs (3), 60 W max, incl
SHOWN: BRONZE FINISH / PEARL GLASS DOMES

FLORA  103037
48.1" h x 18.7" dia  G9 halogen bulbs (7), 60 W max, incl
SHOWN: BRONZE FINISH / SEEDED CLEAR GLASS DOME OVER OPAL GLASS TUBE
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TRELLIS  103063
21.9" h x 28.1" dia  B bulbs (5), 60 W max
SHOWN: MAHOGANY FINISH / WATER GLASS DOMES   US PATENT D532,546S

TRELLIS  103062
21.9" h x 28.1" dia  B bulbs (5), 60 W max
SHOWN: MAHOGANY FINISH / STONE GLASS DOMES   US PATENT D 532,546 S
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PICOH  105005
30" h x 37.2" dia  B bulbs (7), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOMES

FLORA  103040
24.6" h x 26.7" dia   B bulbs (5), 60 W max 
SHOWN: BRONZE FINISH / CLEAR GLASS DOMES



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 240 HUBBARDTONFORGE.COM

PRODUCT   |   PENDANTS & CHANDELIERS

LARGE-SCALE AUBREY  194347
25.7" h x 47.3" dia  A19 bulbs (7), 60 W max
SHOWN: BRONZE FINISH / OPAL GLASS DOMES

LARGE-SCALE AUBREY  194348
25.7" h x 47.3" dia  B bulbs (7), 60 W max
SHOWN: BRONZE FINISH / WATER GLASS DOMES
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AUBREY  105011
18" h x 33.6" dia  B bulbs (5), 60 W max
SHOWN: SOFT GOLD FINISH / WATER GLASS DOMES

AUBREY  105010
18" h x 33.6" dia  A19 bulbs (5), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOMES

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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FLORA  191044
59.6" h x 43.3" dia  G9 halogen bulbs (12), 60 W max, incl
SHOWN: DARK SMOKE FINISH / PEARL GLASS DOMES

FLORA  103049
24" h x 24.9" dia  G9 halogen bulbs (7), 60W max, incl
SHOWN: BRONZE FINISH / PEARL GLASS DOMES
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SIMPLE SWEEP  191043
58.5" h x 46.25" dia  B bulbs (15), 60 W max
SHOWN: NATURAL IRON FINISH 

SIMPLE SWEEP  101160 
23.2" h x 26" dia  B bulbs (6), 60 W max
SHOWN: NATURAL IRON FINISH
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TWIST BASKET  108100
19" h x 27.1" dia  B bulbs (10), 60 W max
SHOWN: NATURAL IRON FINISH

TWIST BASKET  108060
17" h x 23" dia  B bulbs (6), 60 W max
SHOWN: NATURAL IRON FINISH

left: BALL BASKET  191572
71.37" h x 72" dia  B bulbs (36), 60 W max
SHOWN: BLACK FINISH

  Note — The weight of these fixtures requires direct-to-joist, beam or  
overlay attachment independent of the electrical junction box.

Also available: 
 191536:  3 tiers / 20 arms / 35.4" dia
 191542:  3 tiers / 21 arms / 41.7" dia
 191560:  4 tiers / 36 arms / 69.4" dia

3 tiers / 21 arms 
191548

46.1"

49.9"

4 tiers / 36 arms
191572

71.37"

72"

Large-Scale Ball Basket Chandeliers

Metal candles are 
available on many of 
our chandeliers.
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SIMPLE LINES  197144
35.1" h x 43.4" dia  B bulbs (18), 60 W max
SHOWN: NATURAL IRON FINISH

SIMPLE LINES  107060
22" h x 24.5" dia  B bulbs (6), 60 W max
SHOWN: BLACK FINISH

ACHARN LARGE  121026
32.6" h x 17" dia  B bulbs (7), 40 W max
SHOWN: DARK SMOKE FINISH / WATER GLASS BOWL   US PATENT D 532,926 S
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SIMPLE LINES  102100
21" h x 27.1" dia  B bulbs (10), 60 W max
SHOWN: NATURAL IRON FINISH 

SIMPLE LINES  192044
26.5" h x 46.3" dia  B bulbs (15), 60 W max
SHOWN: NATURAL IRON FINISH
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left: SWEEPING TAPER  192148
43.5" h x 47.6" dia  A19 bulbs (12), 100 W max
SHOWN: BRONZE FINISH / STONE GLASS DOMES

  Note — The weight of these fixtures requires direct-to-joist, beam or  
overlay attachment independent of the electrical junction box.

Large-Scale Sweeping Taper Chandelier sizes available

Large-Scale 15-arm 
192166

58.3"

Large-Scale 12-arm 
192148

43.5"

66"

47.6"

SWEEPING TAPER  101469 
26.3" h x 30" dia  B bulbs (9), 60 W max
SHOWN: DARK SMOKE FINISH 

SWEEPING TAPER  101459 
26.3" h x 32" dia  B bulbs (9), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS BELLS 

SWEEPING TAPER  101454 
23.5" h x 29.5" dia  B bulbs (5), 60 W max
SHOWN: NATURAL IRON FINISH / WATER GLASS BELLS
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SWEEPING TAPER  101445 
22.5" h x 24" dia  A19 bulbs (5), 100 W max 
SHOWN: NATURAL IRON FINISH / OPAL GLASS DOMES (SOLD SEPARATELY)

SWEEPING TAPER  101441 
17.5" h x 18.4" dia  A19 bulbs (3), 100 W max
SHOWN: BRONZE FINISH / STONE GLASS DOMES (SOLD SEPARATELY)

SWEEPING TAPER  101474
17.2" h x 11.6" dia  B bulbs (3), 40 W max 
SHOWN: DARK SMOKE FINISH / WATER GLASS CYLINDER

SWEEPING TAPER  101473
17.2" h x 11.6" dia  B bulbs (3), 60 W max
SHOWN: NATURAL IRON FINISH

PRODUCT   |   PENDANTS & CHANDELIERS
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OVAL MEDIUM  101309
17.75" h x 43.1" w x 27.6" d  B bulbs (8), 60 W max 
SHOWN: MAHOGANY FINISH / WATER GLASS DOMES

OVAL MEDIUM  101308
17.75" h x 43.1" w x 27.6" d  B bulbs (8), 60 W max
SHOWN: DARK SMOKE FINISH / STONE GLASS DOMES

FORGED LEAVES  103052
19.75" h x 26.9" dia  G bulbs (5), 60 W max
SHOWN: MAHOGANY FINISH / OPAL GLASS BELLS
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MINI PENDANTS
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NEW BOB  188850  BRASS ACCENTS

11" w x 9.25" d  A15 bulb, 60 W max

NEW

NEW COLLAGE  188800
6.5" w x 7.2" d  A19 bulb, 60 W max
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

COLLAGE 188800

NEW FIZZ  187000  BRASS ACCENTS

4.1" dia  A15 bulb, 60 W max
SHOWN: BRONZE FINISH 

ALL FIZZ DESIGNS FEATURE 

CLEAR BUBBLE GLASS BY 

AO GLASS IN VERMONT
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left: HOOD  161120  ALUMINUM 

10" sq  12V T4 capsule, 50 W max
SHOWN: VINTAGE PLATINUM FINISH  US PATENT D685,947S  RAIL/TRACK VERSION: 161120T

NEW

NEW  
OTTO  161305
BRASS & MESH TUBE ACCENTS

16.1" w  T3 capsule, 20 W max
RAIL/TRACK VERSION: 161305T

OTTO  134403  BRASS ACCENTS

10.5" w  T3 capsule, 20 W max
OTTO  134401  BRASS ACCENTS

18.9" w  T3 capsule, 20 W max

Various ways to hang Otto 161305 pendant:
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ERLENMEYER LARGE  161065  ALUMINUM 

4" sq  12V T4 capsule, 50 W max 
SHOWN: VINTAGE PLATINUM FINISH / CLEAR BUBBLE THICK BLOWN-GLASS CONE 
US PATENT D716,488  RAIL/TRACK VERSION:161065T

LINK  161040  ALUMINUM 

2.9" dia  12V T4 capsule, 50 W max 
SHOWN: VINTAGE PLATINUM FINISH / WHITE THREAD THICK BLOWN-GLASS TUBE  
RAIL/TRACK VERSION: 161040T

ERLENMEYER  161060  ALUMINUM 

3.3" sq  12V T4 capsule, 50 W max 
SHOWN: VINTAGE PLATINUM FINISH / GOLD BUBBLE THICK BLOWN-GLASS CONE 
US PATENT D716,488  RAIL/TRACK VERSION: 161060T

AO Glass Options Available for the Erlenmeyer 161060 and the Link 161040

CLEAR BUBBLE GOLD BUBBLE BLUE BUBBLE WHITE THREAD (LINK ONLY)

SEE PAGE 23 FOR 

CANOPY, TRACK AND 

RAIL INFORMATION

left: LINK  161040  VINTAGE PLATINUM FINISH 
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AIRIS  161020  ALUMINUM 

4" sq  12V MR-11 reflector bulb 35W 
SHOWN: VINTAGE PLATINUM FINISH / STAINLESS MESH TUBE

RAIL/TRACK VERSION: 161020T

SEE PAGE 23 FOR 

CANOPY, TRACK AND 

RAIL INFORMATION

Medium
161025

Small
161020

17.1"

4"

4.8"

21.6"

HELIX  161140
1.25" sq dedicated LED lamping
SHOWN: DARK SMOKE FINISH / ACRYLIC DIFFUSERS  US PATENT D752,801

NEW MARTINI  161301
3.9" dia  12V T4 capsule bulb, 50 W max
SHOWN: SOFT GOLD FINISH / CLEAR GLASS TUBE WITH WHITE SWIRL GLOBE

RAIL/TRACK VERSION: 161301T

right: SQUINCH  161150  ALUMINUM 

2.6" sq  12V T4 capsule bulb, 50 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / CLEAR GLASS TUBE

RAIL/TRACK VERSION: 161150T

NEW

NEW WINTER  161175  ALUMINUM 

4" dia  12V T4 capsule bulb, 50 W max
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS GLOBE DIFFUSER

RAIL/TRACK VERSION: 161175T
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PINOT  161155 
8.3" w x 5.5" d  T4 capsule, 50 W max
SHOWN: DARK SMOKE FINISH / WARM GREY GLASS  
RAIL/TRACK VERSION: 161155T

COLETTE  161160  ALUMINUM  
6" dia  T4 capsule bulb, 50 W max
SHOWN: VINTAGE PLATINUM FINISH / WARM GREY GLASS  
RAIL/TRACK VERSION: 161160T

WARM GREY COOL GREY ROSE GREEN TEA

  

A creative collaboration between two Vermont companies, Hubbardton Forge and AO Glass, 

brings an exquisite collection of lighting fixtures. Combining techniques of sculpting metal and blowing glass 

by hand, it demonstrates the design possibilities borne from a dedication to hand-crafted quality 

and artisanal pride. This hand-blown glass is offered in four subtle colors and clear options. 

Other colors, limited only by your imagination, are available on a custom basis.

SEE PAGE 23 FOR 

CANOPY, TRACK AND 

RAIL INFORMATION

left: NEW WINTER  161175T   (quantity of 14 on a 14-light canopy)
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LURE  101480 
10" dia  chain-hung  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / EDISON BULB

WARM GREY

COOL GREY

ROSE

GREEN TEA





See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 267HUBBARDTONFORGE.COM

PRODUCT   |   MINI PENDANTS

CUFF  187330
5.4" dia  G9 halogen bulb, 60W max, incl 
SHOWN: DARK SMOKE FINISH  US PATENT D716,992

left: MASON MEDIUM  363003  ALUMINUM

10.6" h x 8.2" dia  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / THICK BLOWN-GLASS   US PATENT D726,952

MASON MEDIUM  363003  ALUMINUM

10.6" h x 8.2" dia  G9, 5W LED bulb
SHOWN: BRONZE FINISH   US PATENT D726,952

Mason chain-hung sizes available

Small
363001

8.8"

7.2"

Medium
363003

10.6"

8.2"

Large
363005

14.6"

11.3"

OUTDOOR CHAIN-HUNG MASON 

PENDANT DOUBLES AS AN  

INTERIOR PENDANT.

Cuff sizes available

Medium
187330

7.5"

5.4"

Small
187300

6.7"

4"

Jumbo
187340

9.8"

7.5"
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ERLENMEYER  187200
8.1" w x 6" d  A19 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / PAR20, 35 W MAX BULB

HENRY  184250  BRASS RIVETS

9.2" dia  A19 bulb, 100 W max
SHOWN: BLACK FINISH WITH VINTAGE PLATINUM SHADE

APPARATUS  187250
4.1" dia  G9 halogen bulb, 60 W max, incl
SHOWN: BURNISHED STEEL FINISH

HENRY  184250  BRASS RIVETS

9.2" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE  

NOW AVAILABLE ON  

ALL INDOOR PRODUCTS. 
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CLEAR BUBBLE GOLD BUBBLE BLUE BUBBLE

ERLENMEYER  187100
3.3" sq  G9 halogen bulb, 40 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR THICK BLOWN-GLASS CONE  US PATENT D716,488

ERLENMEYER LARGE  187150
4" sq  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR THICK BLOWN-GLASS CONE  US PATENT D716,488

AO Glass Options Available for the Erlenmeyer 187100 and 137725
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PLUTO  188700
7.4" w x 6" d  G bulb, 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS GLOBE   US PATENT D731,695

STACCATO SHADED LARGE  184970
10.5" dia  A19 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / THICK GLASS TUBE

right: STACCATO SHADED  184930
7" dia  G9 halogen bulb, 60 W max, incl

SHOWN: DARK SMOKE FINISH / THICK GLASS TUBE

Small
184930

7"

10.5"

Large
184970

STACCATO  161090  ALUMINUM 

10.5" dia  12V T4 capsule,  50 W max
SHOWN: VINTAGE PLATINUM FINISH  RAIL/TRACK VERSION: 161090T
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AXIS  186400
2.8" w x 2.1" d  G9 halogen bulb, 40 W max, incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE  US PATENT D652,567S 

PLANAR  139718
12.1" w x 10.6" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

AIRIS MEDIUM  187930
4.8" sq  120V, GU10, MR16 bulb, 50W max
SHOWN: BRONZE FINISH / SEEDED GLASS TUBE

STAINLESS MESH TUBE VERSION AVAILABLE

AIRIS SMALL  187910
4" sq  120V, GU10, MR11 bulb, 35W max
SHOWN: BURNISHED STEEL FINISH / STAINLESS STEEL MESH TUBE

SEEDED GLASS TUBE VERSION AVAILABLE

AIRIS PENDANTS ARE ALSO 

AVAILABLE IN LOW VOLTAGE. 

SEE PAGE 260 FOR DETAILS.

Medium
187930

Small
187910

17.1"

4"

4.8"

21.6"
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FINN  185100
5.7" dia  A19 bulb, 100 watt max
SHOWN: DARK SMOKE FINISH

AMULET  161170
7.5" w x 5.5" d  MR16 halogen bulb, 50 W max 
SHOWN: VINTAGE PLATINUM FINISH  RAIL/TRACK VERSION: 161170T

CORONA LARGE  186530
7" w x 5" d  G9 halogen bulb, 60 watt max, incl
SHOWN: DARK SMOKE FINISH 

Large
186530

14.5

Small
186500

10.7"

6.2"

7"

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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Mobius 184500 on Custom 5-light canopy in spiral configuration 

MOBIUS SHADED

PENDANTS 

ARE AVAILABLE IN: 

  Spun Frost           Spun Amber       Natural Cork

MOBIUS  184500
5" dia  G9 halogen bulb, 35 W max, incl (LED available)
SHOWN: DARK SMOKE FINISH  US PATENT D660,504S

MOBIUS  184530
8" dia  G9 halogen bulb, 25 W max, incl
SHOWN: DARK SMOKE FINISH / SPUN FROST SHADE 

left: MOBIUS  184500 (quantity of five)
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FOLIO  188750
5.7" dia  MR16 reflector bulb, 50W max
SHOWN: DARK SMOKE FINISH

NEW MOBIUS  139845
8.4" w x 4" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH

NEW

alternate view

HUBBARDTON FORGE LIGHT GUIDE 

TECHNOLOGY HAS COME TO THE MOBIUS 

FAMILY. THIS NEWEST ADDITION USES A 

LIGHT GUIDE AS THE SHADE. THE RESULT IS 

A PENDANT THAT HAS DIRECT DOWNLIGHT, 

WHILE LIGHT DIFFUSES THROUGH THE 

GENTLY CURVED AND FOLDED LED LIGHT 

GUIDE TO CREATE A BRILLIANT GLOW.



alternate view





See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 285HUBBARDTONFORGE.COM

PRODUCT   |   MINI PENDANTS

FLORA  183030
3.9" dia  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / PEARL GLASS DOME

FLORA  183050
7.6"w x 3.9" d  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / SEEDED GLASS DOME OVER OPAL GLASS

LYRA SMALL  137470
12.2" dia  G9 halogen bulb, 60W max, incl
SHOWN: BURNISHED STEEL FINISH / STONE GLASS BOWL

PENTAL  188770
8.3" dia  A19 bulb, 100 watt max
SHOWN: DARK SMOKE FINISH

Small
137470

18.6"

12.2"

Medium
137475

23.5

14.8"
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BRINDILLE  161080
3" dia  cable hung  low-voltage  12V T4 capsule, 50 W max 
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS TUBE  TRACK/RAIL VERSION: 161080T

BRINDILLE  186670
3.5" dia  G9 halogen bulb, 60 W max / 25 W incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE

BRINDILLE  161080
3" dia  cable hung  low-voltage
12V T4 capsule, 50 W max 
SHOWN: SOFT GOLD FINISH / OPAL GLASS TUBE  TRACK/RAIL VERSION: 161080T

SEE PAGE 23 FOR 

CANOPY, TRACK AND 

RAIL INFORMATION
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EXOS DELTA  188100
8" dia  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / WHITE BENT ART GLASS  US PATENT D592,793 Exos Delta pendant 188100 with topaz art glass option

Also available in 
amber swirl art glass

WREN  186600
5.1" sq  G9 halogen bulb, 60 W max, incl (fluorescent avail)
SHOWN: MAHOGANY FINISH / STONE GLASS BELL

Wren pendant 186600 with clear glass dome  
over opal glass tube option
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RHYTHM  187440
11.3"  dia   A15 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

CADENCE   187420
19.9"  dia   A15 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

TEMPO  187400
9.3"  dia   A15 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOME
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PARALLINE MEDIUM  183550
6.1" w x 4.9" d  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / STONE GLASS TUBE

ARC ELLIPSE LARGE  188250 
12.9" w x 5.3" d  A19 bulb, 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS OVAL TUBE US PATENT D613,896

FULLERED IMPRESSIONS  185400
6.2" w x 4.5" d  A19 bulb, 100 W max  (fluorescent version avail)
SHOWN: BRONZE FINISH / STONE GLASS TUBE

SIMPLE PENDANT   188600
5" dia  G9 halogen bulb, 60 W max, incl
SHOWN: BURNISHED STEEL FINISH / CLEAR GLASS DOME OVER OPAL GLASS TUBE

Large
188250

10"

Small
188200

9"12.9"

6.3"

Large
183550

11.9"

Small
183520

9.2"

4.75"6.1"
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TWIST BASKET  182320 
9.65" dia   A19 bulb, 100 W max  
(fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS BELL

TWINING LEAF  182660
6" dia  A19 bulb, 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS DOME 

TWINING LEAF SHORT  182650
6" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOME 

TRUMPET  182630
5.91" dia  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS DOME

TRUMPET LONG  182640
5.91" dia  A19 bulb, 100 W max
NATURAL IRON FINISH / OPAL GLASS DOME Trumpet pendant 182640 with water glass
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EXOS SINGLE SHADE MEDIUM  139600
16.1"  dia  A19 bulbs (3), 100 W max
SHOWN: BLACK FINISH / 15" NATURAL LINEN DRUM SHADE

EXOS SINGLE SHADE SMALL  139590 
11.6" dia  A19 bulb, 100 W max (fluorescent avail) 
SHOWN: DARK SMOKE FINISH  / 10.5" D NATURAL LINEN DRUM SHADE

EXOS SINGLE SHADE MEDIUM   139600
16.1"  dia   A19 bulbs (3), 100 W max
SHOWN: VINTAGE PLATINUM FINISH / 15" CORK DRUM SHADE

EXOS ROUND  187650
6" dia  A19 bulb, 100 W max  bottom glass diffuser
SHOWN: BLACK FINISH / STONE GLASS TUBE  LARGER 8.9" DIA VERSION: 18766



Wren pendants shown on page 289.

flush / semi-flush
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NEW OCEANUS  126737
4.7" h x 16.5" dia  A15 bulbs (2),  60 W max
SHOWN: SOFT GOLD FINISH / OPAL GLASS BOWL

NEW EQUINOX  126720
9.1" h x 21" dia  A15 bulbs (2),  60 W max
SHOWN: SOFT GOLD FINISH 

WREN  126601 
5.3" h x 5.1" sq  G9 halogen bulb, 60 W max, incl (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS BELL

TWILIGHT  124910  ALUMINUM

4.9" h x 6" sq  G9 halogen bulb, 60 W max, incl
SHOWN: VINTAGE PLATINUM FINISH

NEW CELESSE  208030
15.3" h x 29.8" w x 10" d  G9 halogen bulbs (2), 35 W max, 25 W incl
SHOWN: BLACK FINISH WITH SOFT GOLD ACCENTS 

NEW
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AXIS MEDIUM  126403
12" h x 19.3" dia  A19 bulbs (3), 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

AXIS SMALL  126401 
5.8" h x 12.1" dia  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS TUBE

KAKOMI SINGLE  123755
8.3" h x 5.3" w x 5.9" d  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / STONE GLASS STEPPED-BOX   US PATENT D558,389S

EXOS SINGLE SHADE SMALL  126498
11.9" h x 11.6" dia  A19 bulb, 100 W max  concave glass diffuser
SHOWN: MAHOGANY FINISH / 10.5" D NATURAL LINEN DRUM SHADE

DISQ  126803
7" h x 15" dia  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE

DISQ LARGE  126805
8.1" h x 23" dia  dedicated LED lamping
SHOWN: GLOSS WHITE FINISH / CORK SHADE
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EXOS DOUBLE SHADE SMALL  126501
12.2" h x 16.1" dia  A19 bulb, 100 W max  concave glass diffuser
SHOWN: DARK SMOKE FINISH / 15" D TERRA DRUM SHADE OVER  
10.5" D NATURAL LINEN DRUM SHADE

EXOS DOUBLE SHADE MEDIUM  126503
15.3" h x 22.9" dia  A19 bulbs (3), 100 W max  concave glass diffuser
SHOWN: DARK SMOKE FINISH / 22" D ECLIPSE DRUM SHADE OVER  
15" D NATURAL LINEN DRUM SHADE

OCULUS  213310
4.4" h x 11.5" dia  G9 halogen bulbs (4), 25 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

EXOS DOUBLE SHADE LARGE  126505
15.8" h x 29.3" dia  A19 bulbs (3), 100 W max  concave glass diffuser
SHOWN: DARK SMOKE FINISH / 28" D NATURAL ANNA DRUM SHADE OVER  
22" D NATURAL LINEN DRUM SHADE

BRINDILLE  127660 
13.7" h x 15" dia  A19 bulbs (3), 100 W max  bottom glass diffuser 
SHOWN: VINTAGE PLATINUM FINISH / 15" D FLAX DRUM SHADE
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EXOS SQUARE SMALL  126507
9.8" h x 16.6" sq  A19 bulbs (2), 60 W max
SHOWN: DARK SMOKE FINISH / 16" ECLIPSE SQUARE SHADE OVER  
12" NATURAL ANNA SQUARE SHADE   US PATENT D716,487

EXOS SQUARE  126510
11" h x 20.6" sq  A19 bulbs (4), 75 W max
SHOWN: DARK SMOKE FINISH / 20" NATURAL ANNA SQUARE SHADE OVER  
16" NATURAL ANNA SQUARE SHADE   US PATENT D716,487

Comes with a  
glass diffuser.

EXOS ROUND  123775
8.55" h x 6" dia  A19 bulb, 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBE

EXOS SQUARE LARGE  126513
12.7" h x 24.6" sq  A19 bulbs (4), 100 W max
SHOWN: DARK SMOKE FINISH / 24" NATURAL ANNA SQUARE SHADE OVER  
20" NATURAL ANNA SQUARE SHADE   US PATENT D716,487
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KIRIGAMI  123305 
8.5" h x 22.5" square  A19 bulbs (4), 60 W max
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE   US PATENT D660,501S

CORONA  128712
10.2" h x 19.6" dia  G9 bulbs (4), 40 W max, 25 W incl
SHOWN: SOFT GOLD FINISH

IMPRESSIONS LARGE  126751
7.2" h x 18.4" dia (fluorescent avail)  A19 bulbs (3), 100 W max
SHOWN: BURNISHED STEEL FINISH / STONE GLASS TUBE

IMPRESSIONS MEDIUM  126753
6.1" h x 11.8" dia  G9 halogen bulb, 60 W max, incl
60 W incl (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

BENTO  126620 
5.7" h x 17.8" sq  A19 bulbs (2), 75 W max
SHOWN: DARK SMOKE FINISH / SPUN FROST FABRIC SHADE

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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PLUTO  128703 
10.1" h x 16.4" dia  G bulbs (3), 60 W max
SHOWN: DARK SMOKE FINISH / CLEAR GLASS GLOBES   US PATENT D731,695

PLUTO  128703 
10.1" h x 16.4" dia  G bulbs (3), 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS GLOBES   US PATENT D731,695

ERLENMEYER  128705 
9.8" h x 6.1" sq  A19 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / CLEAR GLASS / PAR20 60 W BULB

ERLENMEYER  128710
9.8" h x 15" sq  A19 bulbs (4), 60 W max
SHOWN: BURNISHED STEEL FINISH / CLEAR GLASS / PAR20 60 W BULBS (4)
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FLORA LARGE  126742
7" h x 24.1" dia  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

METRA LARGE  126747
7" h x 24.3" dia  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

FLORA  126740 
4.7" h x 13.9" dia  A15 bulbs (2), 60 W max
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS BOWL

METRA  126745 
4.7" h x 14.2" dia  A15 bulbs (2), 60 W max
SHOWN: DARK SMOKE FINISH / STONE GLASS BOWL



See website and Specification Book for all available options. All Designs and Images © 1989-2017 Hubbardton Forge®. All Rights Reserved. 302 HUBBARDTONFORGE.COM

PRODUCT   |   FLUSH / SEMI-FLUSH

STEPPE  123715 
12" h x 17.1" sq  A19 bulbs (4), 75 W max
SHOWN: BLACK FINISH / WHITE ART GLASS

STEPPE  123705 
7.6" h x 17.1" sq  A19 bulbs (4), 75 W max
SHOWN: DARK SMOKE FINISH / WHITE ART GLASS

BANDED  124394 
4.75" h x 13.6" sq  A15 bulbs (2), 60 W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / STONE GLASS BOWL

STEPPE  123709 
7.4" h x 21.1" w x 9.1" d  A19 bulbs (2), 75 W max
SHOWN: DARK SMOKE FINISH / WHITE ART GLASS
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LEAF  126732 
11" h x 16" dia  A19 bulbs (3), 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS BOWL

LEAF  126712 
8.2" h x 13.5" dia  A19 bulbs (2), 100 W max
SHOWN: MAHOGANY FINISH / OPAL GLASS BOWL

LEAF  126709 
5.8" h x 13.6" dia  A19 bulbs (2), 60 W max (fluorescent avail)
SHOWN: BRONZE FINISH / STONE GLASS BOWL 

ANTASIA  124710
9.3" h x 22.3" dia  A19 bulb, 100 W max (fluorescent avail)
SHOWN: BRONZE FINISH / SAND GLASS BOWL

ACHARN  126754 
15.8" h x 10.75" dia  B bulbs (5), 40 W max
SHOWN: BLACK FINISH / WATER GLASS BOWL

TRUMPET  126703 
10.6" h x 5.9" dia  A19 bulb, 100 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / WATER GLASS DOME
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See page 223 for the  
Large-Scale Compass pendant.

OVAL MACKINTOSH  124341
11.3" h x 23.6" w x 8" d  G9 halogen bulbs (2), 60 W max, incl 
SHOWN: DARK SMOKE FINISH / OPAL OVAL GLASS BOWL

COMPASS  124560
24.1" h x 27.4" dia  A19 bulbs (3), 100 W max
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS   US PATENT D 592,796

COMPASS  124555 
16" h x 18.1" dia  A19 bulbs (3), 100 W max
SHOWN: BLACK FINISH / OPAL GLASS BOWL   US PATENT D 592,796

COMPASS  124550 
6.4" h x 15.7" dia  A19 bulbs (2), 60 W max
SHOWN: MAHOGANY FINISH / OPAL GLASS BOWL
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MOONBAND TRIPLE  124255
14.7" h x 20.2" dia  A19 bulbs (3), 100 W max
SHOWN: DARK SMOKE FINISH / PEARL GLASS BOWLS

features a white canopy

MOONBAND  124252 
6.5" h x 15.9" dia  A19 bulbs (3), 60 W max
SHOWN: NATURAL IRON FINISH / SAND GLASS BOWL   SMALL VERSION: 124251

PLAIN LARGE  124304 
8.4" h x 17.2" dia  A19 bulbs (3), 100 W max (fluorescent avail) 
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL 

PLAIN  124302 
7.1" h x 14.5" dia  A19 bulbs (2), 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS BOWL

MOONBAND  124247 
6.7" h x 9.1" dia  A19 bulb, 60 W max
SHOWN: NATURAL IRON FINISH / STONE GLASS DOME



Also available  
as chain-hung   
124450
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left: PRESIDIO TRYNE  124442
28.6" dia x custom ht (standard ht 23.7")  A19 bulbs (3), 100 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

PRESIDIO TRYNE  124432
16.8" h x 18" dia  A19 bulbs (3), 100 W max (fluorescent avail)
12.5" h x 16.4" dia version: 124422 
SHOWN: NATURAL IRON FINISH / OPAL GLASS BOWL

PRESIDIO TRYNE  124424 
14.4" h x 16.4" dia  A19 bulbs (2), 100 W max 
12.5" h x 16.4" dia fixed- stem version: 124422
SHOWN: BRONZE FINISH / SAND GLASS BOWL

PRESIDIO TRYNE  124402 
5.75" h x 15.7" dia  A19 bulbs (2), 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL

PRESIDIO TRYNE  124412 
7.7" h x 16.4" dia  A19 bulbs (2), 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS BOWL 
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GLIDE  207930
4.5" h x 56.6" w x 3.8" d  ADA  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH

MODERN PRAIRIE  207925
4.5" h x 55.3" w x 4.3" d  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

CITYSCAPE  207915
15.5" h x 26" w x 7.4" d  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH W/ VINTAGE PLATINUM ACCENTS   PATENT PENDING
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TWINE  205401
23" h x 4.5" w x 4.6" d  can hang vertically or horizontally 
G9 halogen bulbs (4), 25 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

WEDGE  207910
4.6" h x 24.3" w x 3.9" d  ADA 
can hang vertically or horizontally  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / GLASS DIFFUSER
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COLLAGE LARGE  205432
27.1" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
OUTDOOR VERSION: 302523  SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

LIFETIME LIMITED WARRANTY 

ON ALL PRODUCTS INCLUDING 

OUR LED FIXTURES.
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COLLAGE SMALL (right)  205428
13.8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
OUTDOOR VERSION: 302520  SHOWN: DARK SMOKE FINISH WITH SOFT GOLD ACCENTS

COLLAGE LARGE  205432
27.1" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
OUTDOOR VERSION: 302523  SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

left:  TRIPTIC PENDANT  138905  
& COLLAGE SMALL (left)  205428
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QUAD SMALL  205425  ALUMINUM

8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: BRONZE FINISH WITH SOFT GOLD ACCENTS

OUTDOOR VERSION: 302510

QUAD LARGE  205427  ALUMINUM

20.4" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH WITH VINTAGE PLATINUM ACCENTS

OUTDOOR VERSION: 302512

Quad sconce sizes available

Small
205425

8"

9.5"

Large
205427

20.4"

9.5"

LIFETIME LIMITED WARRANTY  

ON ALL PRODUCTS INCLUDING 

OUR LED FIXTURES.
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TRESS SMALL  205435  ALUMINUM

22.9" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: BLACK FINISH WITH VINTAGE PLATINUM ACCENTS

OUTDOOR VERSION: 302527

TRESS LARGE  205437  ALUMINUM

31.8" h x 9.5" w x 3.7" d  ADA  dedicated LED lamping
SHOWN: DARK SMOKE FINISH WITH VINTAGE PLATINUM ACCENTS

OUTDOOR VERSION: 302529

Tress sconce sizes available

Small
205435

22.9"

9.5"

Large
205437

31.8"

9.5"
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ETHOS LARGE  207765  ALUMINUM

22.2" h x 5.8" w x 3.9" d  ADA  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH / SEEDED CLEAR GLASS PLANE

OUTDOOR VERSION: 308015  US PATENT D713,088S

Ethos sconce sizes available

Large
207765

22.2"

5.8"

Medium
207760

18.3"

5.8"

ETHOS MEDIUM  207760  ALUMINUM

18.3" h x 5.8" w x 3.9" d  ADA  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH / SEEDED CLEAR GLASS PLANE

OUTDOOR VERSION: 308010  US PATENT D713,088S
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AXIS MEDIUM  206425  ALUMINUM

19" h x 4.8" w x 3.3" d  ADA  G9 halogen bulb, 60 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / CLEAR GLASS BLOCK

OUTDOOR VERSION: 306403  US PATENT D690,871 S

DOUBLE AXIS SMALL  206440  ALUMINUM 
23.5" h x 4.6" w x 3.9" d  ADA  dedicated LED lamping
SHOWN: VINTAGE PLATINUM FINISH / CLEAR GLASS BLOCK

OUTDOOR VERSION: 306415  US PATENT D744,691

Axis sconce sizes available

Medium
206425

19"

4.8"

Small
206420

15"

4.6"

Large
206430

24"

5.5"

Medium
306420

31"

4.8"

Large
306425

37.8"

5.5"

Double Axis sconce sizes available

Small
206440

23.5"

4.6"
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BENTO LARGE  205955
42" h x 6.5" w x 3.9" d  ADA  21 W T5 fluorescent bulb
SHOWN: GLOSS WHITE FINISH / SPUN FROST FABRIC SHADE

BENTO  205950
24.9" h x 7.1" w x 4.4" d  13 W GU24 fluorescent bulbs (3), incl
SHOWN: DARK SMOKE FINISH / NATURAL CORK SHADE

Bento wall sconce sizes available

Large 
205955

42"

6.5"

Small
205950

24.9"

7.1"

GLOSS WHITE FINISH 

AVAILABLE ON SELECT 

PRODUCTS. SEE WEBSITE  

FOR COMPLETE LIST.



frontal view
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HELIX  207430
21" h x 4.5" w x 3.2" d  ADA  dedicated LED lamping
SHOWN: DARK SMOKE FINISH / ACRYLIC DIFFUSERS  PATENT PENDING

QUILL  207440  ALUMINUM

15.5" h x 4.8" w x 4" d  ADA  dedicated LED lamping
SHOWN: BURNISHED STEEL FINISH W/ VINTAGE PLATINUM ACCENTS 
ACRYLIC DIFFUSER  US PATENT D744,691

left: INGOT  217305
5.9" square x 4" d  ADA  dedicated LED lamping
SHOWN: DARK SMOKE FINISH

OCULUS  213310
11.5" dia x 4.4" d  G9 halogen bulbs (4), 25 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

TWILIGHT  204915
7.4" h x 7.4" w x 3.8" d  ADA  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / CLEAR FROSTED GLASS INSERT
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OTTO  207901  BRASS ACCENTS

26.3" h x 5.4" w x 6.7" d  T3 capsule bulbs (2), 20 W max
NEW OTTO  207903  BRASS ACCENTS AND STAINLESS STEEL MESH TUBE

21.6" h x 11" w x 15.5" d  T3 capsule bulbs (2), 20 W max

NEW CELESSE  208030
10" h x 29.8" w x 15.3" d  G9 halogen bulbs (2), 35 W max, 25 W incl
SHOWN: BLACK FINISH WITH SOFT GOLD ACCENTS

NEW
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CORONA  206501
9.7" h x 6.2" w x 5" d  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH  LARGE VERSION: 206503

FLUX  206101  ALUMINUM

19.4" h x 4.5"  x 3.5" d  ADA  G9 halogen bulb, 40 W max, incl
SHOWN: VINTAGE PLATINUM FINISH

PLUTO  206540  ALUMINUM

10.7" h x 8" w x 9.2" d  A19 bulb, 100 W max
SHOWN: VINTAGE PLATINUM FINISH / CLEAR GLASS GLOBE

FOLIO  206120
17.5"  h x 5.7" w x 6.2" d  MR16 reflector bulb, 50W max
SHOWN: DARK SMOKE FINISH

opal glass globe
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ERLENMEYER ADA  207720
9.5" h x 4.5" w x 3.9" d  ADA  G9 halogen bulb, 40 W max, incl
SHOWN: DARK SMOKE FINISH / THICK BLOWN-GLASS CONE    US PATENT D709,638S

ERLENMEYER  207710
9.4" h x 4.5" w x 4.8" d  G9 halogen bulb, 40 W max, incl
SHOWN: DARK SMOKE FINISH / THICK BLOWN-GLASS CONE    US PATENT D709,638S

NEW FIZZ  207470  BRASS ACCENTS

13" h x 4.5" w x 5" d  A15 bulb, 60 W max
SHOWN: DARK SMOKE FINISH

NEW

ALL FIZZ DESIGNS FEATURE 

CLEAR BUBBLE GLASS BY 

AO GLASS IN VERMONT
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ARBO  207640
27.3"  h x 10" w x 3.9" d  ADA  B bulbs (2), 60W max
SHOWN: DARK SMOKE FINISH / 10" FLAX HALF DRUM SHADE

ONO  217740
42" h x 6.5" w x 3.3" d  ADA  21 W T5 fluorescent bulb
SHOWN: BURNISHED STEEL FINISH / DECAF ALABASTER ACRYLIC BENT PLANE
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AXIS LARGE  206410
5.6" h x 28" w x 4.8" d  A bulbs (2), 100 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL BENT PLANE GLASS

Axis sconce sizes available

5.6"

Large
206410

Small 
206401

17.3"
28"

4.5"

Axis wall sconces 206401 and 206410 are  
available in opal and these additional glass options:

Amber Swirl 
Art Glass

AXIS  206401
4.5" h x 17.3" w x 3.5" d  ADA  G9 halogen bulbs (2), 60 W max, incl
SHOWN: DARK SMOKE FINISH / WHITE BENT PLANE ART GLASS

SandWhite  
Art Glass
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white art glass topaz art glass

APERTURE  217520
21.5" h x 6.5" w x 3.2" d  ADA  G9 halogen bulb, 40 W max, incl
SHOWN: DARK SMOKE FINISH / WHITE ART GLASS

APERTURE  217510
12.9" h x 8.1" w x 3.2" d  ADA  G9 halogen bulb, 40 W max, incl
SHOWN: DARK SMOKE FINISH / WHITE ART GLASS

THE PLANAR FEATURES A  

GEOMETRIC INTERPLAY OF  

LED LIT, GLOWING PLANES AND 

STEEL SURFACES THAT ARE 

BOTH HEAVILY TEXTURED 

AND SMOOTH

right: PLANAR  217310
26.9" h x 19" w x 3.6" d  ADA 

can hang verticallly or horizontally  dedicated LED lamping
SHOWN: DARK SMOKE FINISH
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PILLAR (right)  204423
21.5" h x 5.3" w x 5.5" d  CA10 bulbs (3), 60 W max
LEFT VERSION: 204423L  SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBES

NEW TOWN LARGE  204265
17.8" h x 5.3" w x 4.9" d  B bulb, 60 W max (fluorescent avail)
SHOWN: BRONZE FINISH / STONE GLASS TUBE

NEW TOWN  204260
12.6" h x 4.25" w x 3.7" d  ADA  B bulb, 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE

 PILLAR  204420
18.3" h x 4.3" w x 3.7" d  ADA  CA10 bulb, 60 W max
SHOWN: BRONZE FINISH / OPAL GLASS TUBE
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LISSE  203050
22.1" h x 4.8" w x 3.3" d  ADA
G9 halogen bulb, 60W max / 25 W incl   
SHOWN: DARK SMOKE FINISH 

ECHO  204320
16.2" h x 3" w x 3.9" d  ADA
G9 halogen bulb, 60 W max / 40 W incl
SHOWN: DARK SMOKE FINISH / CLEAR FROSTED GLASS TUBE

LISSE  203053
22.2"  h x 5.5" w x 3.1" d  ADA
G9 halogen bulbs (2), 60W max / 25 W incl   
SHOWN: SOFT GOLD FINISH 

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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DUNE  204790 
15.6" h x 5" w x 2.9" d   ADA
G9 halogen bulb, 60 W max / 25 W incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE

DUNE LARGE  204795
23.6" h x 5.3" w x 4.25" d 
G9 halogen bulbs (4), 25 W max, incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE

DUNE LARGE WALL SCONCE 

IS DESIGNED FOR EITHER HORIZONTAL  

OR VERTICAL APPLICATIONS.
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Airis sconces are available in three sizes  
and four face designs

Large
206460

33"

6.8"

Medium
206455

24.3"

5"

Small
206450

18.3"

4.5"

AIRIS LARGE  206460
33" h x 6.8" w x 4.6" d 
120V, GU10, MR16 halogen bulb, 50 W max
suitable for wet location
SHOWN: DARK SMOKE FINISH / STAINLESS MESH TUBE

AIRIS SMALL  206450
18.3" h x 4.5" w x 4" d  ADA
120V, GU10, MR16 halogen bulb, 35 W max
SHOWN: VINTAGE PLATINUM FINISH / CAST ALUMINUM PLATE    
US PATENT D608,489

AIRIS MEDIUM  206455
24.3" h x 5" w x 5.2" d  120V, GU10,  
MR16 halogen bulb, 35 W max
SHOWN: VINTAGE PLATINUM FINISH / SEEDED CLEAR  
GLASS TUBE   US PATENT D608,489

Small and Medium  
Airis available with 
Heavily Forged Bar.



AIRIS LARGE  206460
33" h x 6.8" w x 4.6" d 
120V, GU10, MR16 halogen bulb, 50 W max
suitable for wet location
SHOWN: DARK SMOKE FINISH / STAINLESS MESH TUBE
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GALLERY SMALL  217650
24.5" h x 4.3" w x 3.3" d  ADA
G9 halogen bulbs (3), 60 W max, incl (fluorescent avail)
SHOWN: DARK SMOKE FINISH / IVORY ART GLASS

GALLERY  217651
35.6" h x 4.3" w x 3.2" d  ADA  T-5 fluorescent bulb, 21 W
SHOWN: DARK SMOKE FINISH / MICA

GALLERY LARGE  217653
59.2" h x 4.3" w x 3.2" d  ADA  T-5 fluorescent bulb, 35 W
SHOWN: DARK SMOKE FINISH / RED ACRYLIC

right: 217653 with Mica insert
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GALLERY  217640
27.25" h x 7.1" w x 3.1" d  ADA
G9 halogen bulbs (3), 60 W max, incl (fluorescent avail)
SHOWN: BRONZE FINISH / RED GLASS

MOSAIC  217628
11.7" h x 7.8" w x 3.9" d  ADA
G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / BLUE ART GLASS  US PATENT D 566,877 S

GALLERY  217635
27.25" h x 7.1" w x 3.1" d  ADA
G9 halogen bulbs (3), 60 W max, incl (fluorescent avail)
SHOWN: DARK SMOKE FINISH / IVORY ART GLASS

right: GALLERY  217640
27.25" h x 7.1" w x 3.1" d  ADA 

 55 W twin tube fluorescent bulb (halogen avail)
SHOWN: DARK SMOKE FINISH / AMBER GLASS

LEAF SILHOUETTE  217910
48.5" h x 9.5" w x 1.9" d  ADA  28 W T-5 fluorescent bulbs (2) 
reversible front plate for left or right options
SHOWN: BRONZE FINISH / MICA ACRYLIC

CUSTOM SILHOUETTE 

SCONCES  AVAILABLE. 

CALL CUSTOMER SERVICE 

FOR MORE INFORMATION.



STANDARD-SIZED GALLERY SCONCES ARE AVAILABLE  

WITH FLUORESCENT OR HALOGEN LAMPING, AND CHOICE OF  

IVORY, BLUE, AMBER, OR RED GLASS.
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FORMAE CONTEMPORARY  204672
29.6" h x 11.9" w x 5.9" d  BT15 bulbs (2), 100 W max
SHOWN: DARK SMOKE FINISH / STONE GLASS OVER OPAL GLASS TUBES 

FORMAE CONTEMPORARY  204670
29.5" h x 5.5" w x 5.9" d  BT15 bulb, 100 W max
SHOWN: BRONZE FINISH / OPAL GLASS TUBES

CALLA  205315
18" h x 10" w x 3.9" d  ADA  LED bulbs (2), 15 W max
SHOWN: BRONZE FINISH / 10" DOESKIN HALF DRUM SHADE
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ANTASIA  204712
26.5" h x 5" w x 5.8" d  G9 halogen bulb, 60 W max, incl 
SHOWN: DARK SMOKE FINISH / CLEAR GLASS DOME OVER OPAL GLASS TUBE 
LEFT VERSION: 204712L  US PATENT D631190

ANTASIA  204720
29.1" h x 16.3" w x 8.4" d  G9 halogen bulb,  60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL  US PATENT D631190

ANTASIA  204710
26.5" h x 6" w x 4.8" d  A19 bulb, 100 W max (fluorescent avail) 
SHOWN: DARK SMOKE FINISH / STONE GLASS DOME 
LEFT VERSION: 204710L  US PATENT D631,190
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BERCEAU  204050
19.5" h x 5.5" w x 8.4" d  B bulb, 60 W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / STONE GLASS TUBE

CONSTELLATION  204301
14.9" h x 4.8" w x 5.5" d  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / CLEAR GLASS OVER STONE GLASS TUBE

MEDIKI  204750
24.5" h x 4.8" w x 3.8" d  ADA  BT15 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE
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®

with backplate

®

®

SWEEPING TAPER  
WALL TORCH ADA  204529
28.3" h x 4.8" w x 3.8" d  ADA
B bulb, 60 W max
4.75" square backplate for use w/ 4" J-box incl
SHOWN: DARK SMOKE FINISH / PEARL GLASS BELL

SWEEPING TAPER  
WALL TORCH  204526
29" h x 4.25" w x 5.9" d  G16.5 bulb, 60 W max
4.75" square backplate for use w/ 4" J-box incl
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELL

SWEEPING TAPER  
WALL TORCH LARGE  204527
39.5" h x 6" w x 9" d 
A19 bulb, 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELL
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HALF-CONE WITH SWEEP (right)  206563
12" h x 8" w x 4.2" d  B bulbs (2), 60 W max  left version avail
SHOWN: BRONZE FINISH / STONE GLASS HALF CONE

with backplate

BANDED WALL TORCH  206251
20.8" h x 4.25" w x 6" d  G16.5 bulb, 60 W max
4.75" square backplate for use w/ 4" J-box incl  
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELL

SUSPENDED HALF-CONE  206551
10" h x 6.5" w x 3.9" d  ADA
B bulb, 60 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS HALF CONE
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FORGED VERTICAL BAR LARGE  206730
23.25" h x 7.25" w x 4" d  ADA
A19 bulbs (2), 75 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / WHITE BENT ART GLASS

FORGED VERTICAL BAR  206729
18" h x 7.5" w x 4" d  ADA
A19 bulbs (2), 75 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / WHITE BENT ART GLASS

CIRQUE  207420
17.5" h x 4.5" w x 3.6" d  ADA  B bulb, 60 W max
SHOWN: DARK SMOKE FINISH

FORGED VERTICAL BARS SMALL  206740
9" h x 12.5" w x 3.8" d  ADA 
LED bulbs (2), 15 W max (fluorescent avail) 
LARGE VERSION: 206741   SHOWN: NATURAL IRON FINISH / WHITE BENT ART GLASS
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VERTICAL BAR  217185
15" h x 5" w x 4" d  ADA
BT15 bulb, 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBE

VERTICAL BAR  217185
15" h x 5" w x 4" d  ADA
BT15 bulb, 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH ON CHERRY / OPAL GLASS TUBE

NEW TOWN LARGE  204255
17.8" h x 5.3" w x 4.9" d  B bulb, 60 W max
SHOWN: BRONZE FINISH / SEEDED CLEAR HURRICANE GLASS

NEW TOWN  204250
12.6" h x 4.25" w x 3.7" d  ADA  B bulb, 60 W max
SHOWN: DARK SMOKE FINISH / SEEDED CLEAR HURRICANE GLASS

CHERRY

This beautiful, warm, 
cherry hardwood is milled 
and hand-finished in the 
northern regions of the 

Green Mountain State.  
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REFLECTIONS  217394
10" h x 8" w x 5.5" d  G16.5 bulb, 60 W max
SHOWN: NATURAL IRON FINISH ON SIERRA PATINA COPPER / OPAL GLASS BELL

VERTICAL BAR  217185
15" h x 5" w x 4" d  ADA
 BT15 bulb,100 W max (fluorescent avail)
SHOWN: BLACK FINISH ON SIERRA PATINA COPPER / OPAL GLASS TUBE

TAPERED ANGLE W/COPPER BACK  213256
20.3" h x 8.5" w x 3.6" d  ADA 
G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH ON SIERRA PATINA COPPER

SIERRA PATINA COPPER

 This unique finish is achieved by heating and oxidizing 
the surface of raw copper. With rich textures ranging 
in color from fiery tangerine to bronze greens, no two 
pieces are alike. Any two sierra patina copper sconces 
will complement, but not exactly match each other. 
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GLASS SHADE OCEANUS WALL SCONCES  

ARE DESIGNED FOR EITHER HORIZONTAL  

OR VERTICAL APPLICATIONS.

OCEANUS  207695  ALUMINUM

23" h x 4.6" w x 3.8" d  ADA
G9 halogen bulbs (2), 40 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS BOXES

left: OCEANUS  207697  ALUMINUM

33.5" h x 4.6" w x 3.8" d  ADA  G9 bulbs (3), 40 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / PEARL GLASS BOXES

OCEANUS  207693  ALUMINUM

12.5" h x 4.6" w x 3.9" d  ADA
G9 halogen bulb, 40 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS BOX

OCEANUS  207690  ALUMINUM

6.5" h x 16.5" w x 3.8" d  ADA  LED bulbs (2), 15 W max
SHOWN: VINTAGE PLATINUM FINISH / 16.5" FLAX RECTANGULAR SHADE
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ONDRIAN (left)  206309 
26.9" h x 4.8" w x 5.3" d  optional 4.8" square backplate incl 
G9 halogen bulbs (3), 60 W max, incl  right version avail
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS TUBES

ONDRIAN (left)  206301
16.7" h x 4.5" w x 5.1" d  right version avail
G9 halogen bulb, 60 W max, incl (fluorescent avail)
SHOWN: DARK SMOKE FINISH / OPAL GLASS TUBE

ONDRIAN  206303
7.2" h x 19" w x 5.3" d 
G9 halogen bulbs (3), 60 W max, incl (fluorescent avail)
SHOWN: BRONZE FINISH / OPAL GLASS TUBES

ONDRIAN  207801
20.1" h x 3.3" w x 3.8" d  ADA 
G9 halogen bulbs (2), 40 W max, incl 
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS BOXES 

REVERSIBLE FOR 

LEFT OR RIGHT  

APPLICATIONS
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FULLERED IMPRESSION  

SINGLE-LIGHT WALL SCONCE IS 

REVERSIBLE TO CREATE A LEFT OR  

RIGHT ORIENTATION.

FULLERED IMPRESSIONS  207841 
8.6" h x 8.1" w x 4.1" d  reversible  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS BOX

FULLERED IMPRESSIONS  207843
6.1" h x 27.5" w x 5.5" d  G9 halogen bulbs (3), 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOXES

left: OVAL WITH REEDS (left)  206032
20" h x 5.75" w x 3.5" d  ADA  right version available
G9 halogen bulbs (3), 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS BOWL
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ARC ELLIPSE  207525
8" h x 41.9" w x 6.4" d  A15 bulbs (5), 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH /OPAL GLASS OVAL TUBES   US PATENT D613,896

ARC ELLIPSE  207522
7.9" h x 17.1" w x 4.9" d 
A15 bulbs (2), 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / STONE GLASS OVAL TUBES   US PATENT D613,896

ARC ELLIPSE  207521
7.4" h x 9" w x 4" d  ADA  A15 bulb, 60 W max (fluorescent avail) 
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS OVAL TUBE   US PATENT D613,896

ARC ELLIPSE  207523
8" h x 25.5" w x 6.4" d  A15 bulbs (3), 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / STONE GLASS OVAL TUBES   US PATENT D613,896

left: ARC ELLIPSE  188200
9" w x 3.6" d  A15 bulb, 60 W max (fluorescent avail) 
SHOWN: BURNISHED STEEL FINISH / STONE GLASS OVAL TUBE   US PATENT D613,896
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WREN  206603
6.8" h x 24" w x 7.1" d
G9 halogen bulbs (3), 60 W max, incl (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS BELL

WREN  206601 
6.7" h x 5.1" w x 7.1" d
G9 halogen bulb, 60 W max, incl (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / STONE GLASS BELL

KAKOMI  207833
6" h x 24.5" w x 7.2" d 
G9 halogen bulbs (3), 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS STEPPED BOXES

KAKOMI ELONGATED  207821
5" h x 9.8" w x 6.8" d 
G9 halogen bulbs (2), 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS STEPPED BOX

KAKOMI  207831
6" h x 6.5" w x 6.6" d 
G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / OPAL GLASS STEPPED BOX
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BRINDILLE (right)  207670
18.9" h x 7.8" w x 3.7" d  ADA  left version avail
G9 halogen bulb, 60 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS BOX

BRINDILLE (left)  207670
18.9" h x 7.8" w x 3.7" d  ADA  right version avail
G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / PEARL GLASS BOX

Soft Gold finish

BRINDILLE  207660 
6" h x 16" w x 4" d  ADA  LED bulbs (2), 15 W max
SHOWN: VINTAGE PLATINUM FINISH / 16" NATURAL ANNA HALF DRUM SHADE
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CAVO  205960  ALUMINUM

4.5" h x 24" w x 4.5" d  Can be hung vertically or horizontally
G9 halogen bulbs (4), 25 W max, incl
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS TUBE
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CAVO  205970  ALUMINUM

12.5" h x 5" w x 5.6" d  A19 bulb, 75 W max
SHOWN: VINTAGE PLATINUM FINISH / OPAL GLASS TUBE

CAVO  205963
8.8" h x 10" w x 3.9" d  ADA  LED bulbs (2), 15 W max
SHOWN: SOFT GOLD FINISH / 10" FLAX HALF DRUM SHADE

AFTER HOURS  207858
12.5" h x 2.75" w x 3.5" d  ADA  reversible  B bulb, 60 W max
4.75" square backplate for use w/ 4" J-box incl
SHOWN: BURNISHED STEEL FINISH / OPAL GLASS TUBE  US PATENT D570,524S

ROOK  207815  ALUMINUM

14" h x 4.5" w x 3.7" d  ADA  G9 halogen bulb, 60 W max, incl
SHOWN: SOFT GOLD FINISH / OPAL GLASS TUBE

Clear glass option
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BEACON HALL  204820
12.2" h x 6" w x 4" d  ADA
A15 bulb, 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / STONE GLASS TUBE    US PATENT D630,375S

BEACON HALL  204810
13.7" h x 11" w x 7.2" d
A15 bulb, 60 W max (fluorescent avail)  bottom glass diffuser
SHOWN: BURNISHED STEEL FINISH / 11" DOESKIN OVAL SHADE    US PATENT D630,375S

BEACON HALL  204825
13" h x 8.6" w x 3.9" d  ADA
LED bulbs (2), 15 W max (fluorescent avail)
SHOWN: SOFT GOLD FINISH / OPAL GLASS HALF CONE    US PATENT D630,375S

BEACON HALL  204825
12.6" h x 10" w x 3.9" d  ADA
B bulb, 60 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / 10" TERRA HALF DRUM SHADE    US PATENT D630,375S

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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BANDED WITH BARS  205892
12" h x 5" w x 4" d  ADA
A19 bulb, 100 W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / OPAL GLASS TUBE

BANDED  205812
12" h x 5" w x 3.75" d  ADA
A19 bulb, 100 W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / OPAL GLASS TUBE

EXTENDED BARS  205912
17.5" h x 6.3" w x 4" d  ADA
A15 bulbs (2), 40W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / MATTE DECAF ACRYLIC

EXTENDED BARS  205910
17.5" h x 6.75" w x 4.5" d 
A19 bulbs (2), 75 W max (fluorescent avail)
SHOWN: BRONZE FINISH / IVORY BENT ART GLASS
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COSMO  206350
11.3" h x 16.5" w x 4" d  ADA  LED bulbs (2), 15 W max
SHOWN: BRONZE FINISH WITH BRASS BAR ELEMENT 
16.5" NATURAL ANNA RECTANGULAR SHADE

OVAL ONDRIAN (left)  207380
5.5" h x 17.7" w x 8.3" d  right version avail
G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / STONE GLASS BOWL

OVAL IMPRESSIONS  207370
5.6" h x 16.3" w x 8.6" d  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / STONE GLASS BOWL

 COSMO  206350
11.3" h x 16.5" w x 4" d  ADA  B bulbs (2), 60 W max
SHOWN: DARK SMOKE FINISH WITH VINTAGE PLATINUM BAR ELEMENT 
16.5" NATURAL ANNA RECTANGULAR SHADE
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CURRENT  207650
6.7" h x 16" w x 4" d  ADA  LED bulbs (2), 15 W max
SHOWN: DARK SMOKE FINISH / 16" DOESKIN HALF DRUM SHADE

EXOS SQUARE  207680
6.8" h x 16.5" w x 4" d  ADA  LED bulbs (2), 15 W max
SHOWN: DARK SMOKE FINISH / 16.5" FLAX RECTANGULAR SHADE

CREASE  207630
6.4"  h x 16.5" w x 3" d  ADA  dedicated LED lamping
SHOWN: BRONZE FINISH WITH BRASS ELEMENT / 16.5" NATURAL ANNA BOX SHADE

CAVALETTI  207675
11.5" h x 16.5" w x 4" d  ADA  LED bulbs (2), 15 W max
SHOWN: BURNISHED STEEL FINISH / 16.5" FLAX RECTANGULAR SHADE

ECHELON  207460
14.5"  h x 10" w x 3.8" d  ADA  LED bulbs (2), 15 W max
SHOWN: BRONZE FINISH / 10.5" NATURAL ANNA HALF DRUM SHADE
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FLORA  203035
17.5" h x 4.8" w x 5.7" d  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / STONE GLASS DOME

FLORA  203030
18.5" h x 4.8" w x 5.8" d  G9 halogen bulb, 60 W max, incl
SHOWN: DARK SMOKE FINISH / PEARL GLASS DOME

TWO-PANEL FORGED LEAF (right)  205122
14.6" h x 7.1" w x 6.8" d  A19 bulb, 100 W max  left version avail
SHOWN: DARK SMOKE FINISH / OPAL GLASS BELL

ALISON’S LEAVES  205420
15.2" h x 7.5" w x 4" d  ADA  A19 bulb, 100 W max
SHOWN: DARK SMOKE FINISH
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white art glass

ivory art glass

FORGED LEAF & STEMS (left)  205770
17" h x 5.5" w x 4.4" d  right version avail
A19 bulbs (2), 75 W max (fluorescent avail)
SHOWN: DARK SMOKE FINISH / WHITE BENT ART GLASS

FORGED LEAF & STEMS (right)  205772
17" h x 5.25" w x 3.6" d  ADA  left version avail
T bulbs (2), 40W max (fluorescent avail)
SHOWN: NATURAL IRON FINISH / MATTE DECAF ACRYLIC

FORGED REEDS (left)  205750
12" h x 9" w x 4" d  ADA  right version avail
A19 bulb, 100 W max (fluorescent avail)
SHOWN: BRONZE FINISH / WHITE BENT ART GLASS

FORGED REEDS (right)  205750
12" h x 9" w x 4" d  ADA  left version avail
A19 bulb, 100W max (fluorescent avail)
SHOWN: MAHOGANY FINISH / MATTE DECAF ACRYLIC

LEAF & REED SCONCES 

ARE AVAILABLE IN BOTH 

ART GLASS AND  

ADA COMPLIANT  

MATTE DECAF ACRYLIC.
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TRADITIONAL  203223
8.8" h x 25" w x 8.2" d   reversible  A19 bulbs (3), 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELLS

TRADITIONAL  203221
9.8" h x 5" w x 8.1" d  reversible  A19 bulb, 100 W max
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELL

 
SIMPLE LINES  208023
8.9" h x 20" w x 7.2" d  A19 bulbs (3), 100 W max 
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELLS

TRADITIONAL  203101
13" h x 8" w x 9.6" d  A19 bulb, 75 W max
SHOWN: MAHOGANY FINISH / 8" NATURAL LINEN CLIP SHADE 
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SCROLL  204531
9.8" h x 5" w x 7.7" d  reversible  A19 bulb, 100 W max 
SHOWN: NATURAL IRON FINISH / OPAL GLASS BELL

RIBBON  204104
9" h x 5" w x 6" d  G9 halogen bulb, 60 W max, incl
SHOWN: BRONZE FINISH / CLEAR GLASS DOME OVER OPAL GLASS TUBE

RIBBON  204101
8" h x 6.1" w x 6.4" d  A15 bulb, 60 W max (fluorescent avail)
SHOWN: BURNISHED STEEL FINISH / STONE GLASS DOME

AUBREY  203040
7.6" h x 4.8" w x 7.4" d  A19 bulb, 60 W max
WATER GLASS VERSION: 203041

SHOWN: SOFT GOLD FINISH / PEARL GLASS DOME

TRADITIONAL  204210
9.5" h x 5.75" w x 6" d  B bulb, 60 W max
SHOWN: NATURAL IRON FINISH

SIMPLE LINES  204212
8.8" h x 5.8" w x 7" d  reversible
G9 halogen bulb, 60 W max, incl
WATER GLASS VERSION: 204213

SHOWN: DARK SMOKE FINISH / STONE GLASS DOME 

NEW FOR 2017

SOFT GOLD & VINTAGE 

PLATINUM FINISHES ARE 

NOW AVAILABLE ON 

ALL INDOOR PRODUCTS. 
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BOWED WITH DUET SHADE (left)  209310
13" h x 22.5" d  A19 bulb, 100 W max  dimmer
SHOWN: DARK SMOKE FINISH / 12" DOESKIN DRUM SHADE OVER OPAL GLASS GLOBE

SIMPLE SWING ARM  209250
11" h x 23" d  A19 bulb, 100 W max 
dimmer  bottom glass diffuser
SHOWN: BLACK FINISH / 12" ECLIPSE DRUM SHADE

FORGED BAR  209301
12.75" h x 29.5" d  A19 bulb, 150 W max  dimmer
features a double hinge swivel joint
SHOWN: MAHOGANY FINISH / 15" DOESKIN DRUM SHADE

right version 209310

HENRY  209320  BRASS RIVETS

15.1" h x 9.2" w x up to 28" d  A19 bulb, 60 W max
SHOWN: BLACK FINISH WITH VINTAGE PLATINUM SHADE
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ARC SWING ARM  289450
34.9" h x 14" w x 22" d  A19 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / 13" TERRA CONIC SHADE

ARC SWING ARM  289450
34.9" h x 14" w x 22" d  A19 bulb, 60 W max
SHOWN: DARK SMOKE FINISH / NATURAL CORK SHADE



COORDINATING HARDWARE  

COMPLETES THE LOOK  

OF A BATH WITH JUST  

THE RIGHT DETAILS.

accessories
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A. BEACON HALL  843001
5.6" h x 3"w x 2.1" d 
SHOWN: DARK SMOKE FINISH

B. ROOK   844001
2.5" w x 2.9" d x 3.3" d
SHOWN: BURNISHED STEEL FINISH

C. ROOK  844003
7.3" h x 7" w x 3.3" d 
SHOWN: BURNISHED STEEL FINISH

D. BEACON HALL  843007
3" h x 16.3" w x 4.1" d 
SHOWN: DARK SMOKE FINISH

SMALL 9.4" W BATHROOM TISSUE  
HOLDER VERSION: 843005

E. ROOK  844005
2.5" h x 7.8" w x 3.3" d 
SHOWN: BURNISHED STEEL FINISH

LARGE 14.8" W PAPER TOWEL HOLDER  
VERSION: 844007

F. BEACON HALL  843010
2.5" h x 22.3" w x 3.3" d 
SHOWN: DARK SMOKE FINISH

AVAILABLE IN TWO LARGER SIZES: 
30.3" W, 843012 AND 38.3" W, 843015

G. ROOK  844010 
2.5" h x 18.5"w x 3.3" d 
SHOWN: BURNISHED STEEL FINISH

AVAILABLE IN TWO LARGER SIZES: 
26.5" W, 844012 AND 34.5" W  844015

A. B.

D.

F.

REMOVABLE BAR 

HELD BY MAGNETS 

ALLOWS FOR  

PLACEMENT OF 

BATHROOM TISSUE

C.

E.

G.
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A. METRA  841001 
3.5" h x 2.75" w x 2.25" d
SHOWN: DARK SMOKE FINISH

B. CURVED METRA 
840014  14.5" w x 5.5" d
SHOWN: DARK SMOKE FINISH

SMALL 8.5" W BATHROOM  
TISSUE HOLDER VERSION: 840008

C. CURVED METRA 
841016  21" w x 4.5" d
SHOWN: DARK SMOKE FINISH

LARGER 29" W VERSION: 841024

D. METRA  841005 
7" h x 5" w x 2.25" d
SHOWN: DARK SMOKE FINISH

E. STRAIGHT METRA 
842016  3.5" h x 17.5" w x 4" d
SHOWN: DARK SMOKE FINISH

AVAILABLE IN TWO LARGER SIZES:  
25.5" W, 842024 AND 33.5" W, 842032

D.

E.

A.

B.

C.
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F. OVAL  710004
31.7" h x 22.3" w
SHOWN: BRONZE FINISH

G. OVAL WITH LEAVES
710014  31.7" h x 22.3" w  
SHOWN: BRONZE FINISH

H. METRA LARGE 
710118  32" h x 26" w
SHOWN: DARK SMOKE FINISH 

I. METRA MEDIUM  
710116  28" h x 22" w 
SHOWN: BRONZE FINISH

J. ROOK  714901
26.8" h x 20.8" w 
SHOWN: DARK SMOKE FINISH

MIRRORS CAN BE 

MOUNTED VERTICALLY 

OR HORIZONTALLY

F. G.

H. I. J.
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We would like to thank the following fine artists and companies for their assistance in the production of this catalog:

ANDREW BERENDS

raku pottery, p. 129

ALISON CANNON  
WOOLLYMAMA FIBER ARTS

pillow, p. 157
www.woollymamafiberarts.com

STELLA EHRICH 
painting, p.192
www.stellaehrich.com

W. HYBL FANNIN 
 paintings & mixed media,  
pgs. 134, 158, 217, 218
www.whfannin.com

S. CHANDLER KISSELL

painting, p. 110

DAVID KITTS

paintings, p. 120, 127, 146

KATHARINE MONTSTREAM

paintings, p. 166, 168
www.kmmstudio.com

MAGGIE NEALE

 hand-painted silks, pgs. 136, 
186, 220
www.colormusings.com

TOVE OHLANDER &  
RICH ARENTZEN, AO GLASS

hand-blown glass,  
pgs. 156, 183
www.aoglass.com

EDGEWATER GALLERY

a gallery contributing to the local 
culture with vibrant exhibitions 
from emerging and established 
artists from Vermont and beyond. 
www.edgewatergallery.co

Representing these artists and more:

TOM DUNNE

sculptured wood bowl, p.132

CHARLOTTE FOUST

painting, p. 157

CRAIG MOONEY

painting, p. 129

HELEN SHULMAN

painting, p.314

SEAN THOMAS

painting, p.162

JIM WESTPHALEN 
PHOTOGRAPHY 
www.jimwestphalen.com

BURLINGTON FURNITURE

contemporary furniture, pg. 166
www.burlingtonfurniture.us

COPELAND FURNITURE

fine furniture, pgs. 143
www.copelandfurniture.com

DESIGN WITHIN REACH

contemporary furniture,  
pgs. 158, 264
www.dwr.com

GREEN MOUNTAIN MINERALS

p.97
www.greenmountainminerals.com

NLXL
wallcoverings, front cover, pg. 125
usa.nlxl.com

MODERN  DESIGN

contemporary furniture,  
front cover & pg. 120, 125
www.moderndesignvt.com

RIVEN
furniture & design, p.183
www.riven.co

THOS. MOSER 
fine furniture, pgs. 189, 192, 217
www.thosmoser.com

ART FURNITURE & DECOR

CATALOG PHOTOGRAPHY

CREDITS
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