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In This Edition ...
Welcome to the Fypon® Polyurethane Catalog, 
featuring our full range of polyurethane products. 
We hope you will find that the following 
enhancements make it easier to use this book 
to specify, source and sell Fypon polyurethane 
millwork and trim products:

•	 Part numbers have been assigned to 
additional fabricated parts in the Window 
& Door Trim section of the catalog, making 
it easier to order these parts with attached 
accessories. 

•	 The Balustrade Systems section of the 
catalog is now organized by style and then 
size, so you can find the right architectural 
style and then select the size needed for  
your project.

Please visit www.fypon.com for additional 
resources, including table and blade angles,  
and installation instructions.



Fypon is the leading brand of decorative moulding and millwork.* With synthetic solutions 
for virtually any millwork and trim project, you can put Fypon products to work for you. Our 
polyurethane decorative millwork and trim deliver the beautiful, authentic details and rich 
textures of finely finished wood, rugged timber and classic stone accents – without the  
hassles of some traditional building materials.

Fypon polyurethane products provide superior performance over many other materials given 
their inherent properties. Polyurethane is a closed-cell product, making it resistant to moisture 
and insects. It resists rotting, warping, cracking and peeling, as well as crumbling  
and deterioration. 

Fypon polyurethane products deliver consistent quality from piece to piece and use standard 
woodworking tools for installation. The pre-primed surface is ready to stain or paint – no 
sanding or additional priming needed. And polyurethane is lightweight, making the product 
easier to handle and install. 

For even greater peace of mind, we stand behind all of our products with a limited lifetime 
warranty for homeowners.**

* Builder Magazine “2012 Brand Use Study”

** For complete details on our warranty, visit www.fypon.com.

Fypon® Polyurethane Products
Put Us to Work for You



www.fypon.com          4

Window & Door Trim

Mouldings

Decorative Millwork

•  Customize windows and doorways
•	Styles ranging from ornate to simplistic
•	Available in standard and fabricated shapes  

and sizes to fit most openings

•	Uniquely detailed designs to match any decor
•	More than 100 architectural profiles
•	One-piece combinations
•	Miterless crown moulding systems also available

E-Vents™

•	Provide additional ventilation for steep pitched roofs
•	Help remove heat and moisture in hot climates, 

condensation in cold climates
•	Moulding and vent systems installed as one unit, in 

several profiles
•	Corrosion-resistant screens help to keep insects out

•	Detailed, architecturally accurate millwork 
•	Collection of styles expands your design possibilities

Smart, Stylish Solutions from 
Peak to Plinth
Fypon® polyurethane products deliver outstanding features and benefits from peak to plinth:

•	The look and feel of traditional building materials without the maintenance

•	Resists moisture and insects, as well as rotting, warping, cracking, peeling, crumbling and 
deterioration

•	Pre-primed and ready to paint or stain in smooth surfaces, as well as stone and timber 
textured options

•	A wide variety of standard products with fabricated and custom options available for many 
products

•	All products backed by a limited lifetime warranty for homeowners
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The Right Product for the 
Right Application
With the performance that Fypon® synthetic millwork and 
trim provides, we have the perfect material for any project. 
Given the moulding process, Fypon polyurethane products 
– found on the following pages – are suited for detailed, 
decorative trim and for complicated shapes. 

Louvers & Gable Vents
•	Available in decorative (non-venting) and functional 
(venting) styles

•	Angled slats help protect interiors from the elements
•	Corrosion-resistant screens help to keep insects out
•	Available in standard and fabricated shapes and sizes to 

fit most openings

Balustrade Systems
•	Variety of styles and sizes to define spaces
•	Structurally reinforced, durable and beautiful
•	Most corrosion-resistant fasteners concealed

Porch Posts, Columns & Post Wrap
•	Variety of styles to suit many applications
•	Structural porch posts and columns with load-bearing 

capacities up to 12,000 pounds
•	Non-structural decorative wrap installs around 

existing supports
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See the Material Comparison chart on page 190.
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Project Quoting Services
Do you need help using our products to fit your specifications for a project – large or small? 
Fypon offers superior service from completing quotes for standard or custom architectural 
millwork to using specialized construction software to provide digitized takeoffs from your 
construction prints.

Fypon project quoting services include:

•	 Request for Quote – We can provide you with pricing for one part or multiple parts to meet 
the needs of small projects. 

•	 Large Project Quoting – We can provide you with quotes for large projects from single 
homes to commercial buildings.

•	 Digitized Takeoffs – Using specialized software, we can get you the quick and accurate 
quantity takeoffs you need to complete your project. 

•	 Project Quote Package – Our customized project quote packages for large projects put 
all the pertinent information together in an easy-to-understand format, including quantity 
pricing, drawings on standard or custom parts, breakouts that show parts in context of the 
prints, installation information, warranty information and more.

Partnering with Fypon
It’s critical to have a dependable partner when you’re looking 
for architectural millwork for a building project. Give yourself the 
advantage of working with Fypon. We offer an extensive variety of 
styles and sizes that meet virtually any architectural requirement. 
And we can help you use our products to fit your specifications.

Download our Quote Request Form at www.fypon.com/professional/distributor/
quote.asp to get started. This form is tailored to help us understand more about 
your project needs. Or contact us at 855.397.6647 to learn more about our capabilities.
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Fabricated Products
Does your project require an alteration to a standard part? Let us fabricate it  
for you. In many cases, we can alter one or more standard parts that closely match your 
requirements to create a part that fits your project specifications. 

These fabricated options can help save time and labor in the field:

•	 Additional Sizes – We can create additional sizes for some standard parts, such as 
crossheads in custom widths. 

•	 Attached Accessories – We can attach accessories – keystones, dentil trim and bottom 
trim – to some standard parts. Part numbers for many fabricated options are featured in the 
Window & Door Trim section of this catalog, starting on page 8.

•	 Routing Options – We can also route a channel in some standard parts – such as window 
and door trim and louvers – to accept siding. 

Does your project require a shape, size or profile that you don’t see in this catalog? Occasionally, 
the need for something special arises. Fypon can bring your construction dreams to reality. 

Whether you need an authentic replica for a historical restoration or you’re faced with a unique 
or unusual architectural situation, we have the design and production capabilities to turn your 
sketch and dimensions into almost any millwork or trim product imaginable.

We will review your custom project to arrive at the best solution, working with your plan to create 
a CAD drawing and produce a new custom part for your project.

Decorative Custom Products
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Window Panels ................ 44

Entrance Trim................... 46

Keystones ........................ 47

Shutters............................ 48

Timber Shutters ............... 51

Timber Trim ...................... 55

Stone Pot Shelves............ 56

Stone Blocks.................... 58

Stone Accessories ........... 60

Make a Grand Entrance
Window & Door Trim

Transform an ordinary home into an extraordinary home with Fypon® window and door trim. Offering a 
wide range of styles and sizes, nothing can make a statement – and enhance nearly any architectural 
style – like window and door trim. Many pieces are designed to work together, and some can even be 
ordered moulded as one piece to further speed installation. From pilasters, pediments and crossheads 
to arches and panels, the options are virtually limitless – giving you the freedom to design a specialized 
look for your next project. For installation instructions, please visit www.fypon.com. 

Products shown: PVC Flat Trim, MLD234-16
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How to Order
Window Trim 
To order window trim, first measure the window unit to be  

trimmed. Next choose the desired products and accessories 

to complete the look. 

Door Trim & Entrance Systems 
When ordering door trim, first measure the door unit to be 

trimmed. The unit can be measured with or without brick 

mould; however, the brick mould is essential when using a 

storm door. Next choose the desired pilaster style and size. 

Finally, choose a pediment or crosshead that is wide enough 

to span the opening plus the brick mould and pilasters (see 

example). Add desired accessories to complete the look. 

Window & Door Trim Accessories  
Keystones, dentil trim, trim strip and bottom trim accessories are available 

attached to standard products as fabricated products (see below). 

Keystones can also be ordered as unattached accessories by listing the line 

item on your order.

Fabricated & Custom Products 
Throughout this section, you will see fabricated products with attached accessories that have specific part numbers. To order 

a fabricated product shown in this catalog, place your order using the part number shown. Additional fabricated options may 

be available, including additional sizes and routing options. To request a fabricated product not shown in this catalog – or 

to request a unique custom product design – please fill out our Quote Request Form, which can be obtained at www.fypon.

com/products/custom.asp, or contact the Fypon Custom Product Sales Department at 855.397.6647 or the Fypon Customer 

Service Department at 800.446.3040.

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 

Note: A keystone cannot be used 
when combining a crosshead 

with a pediment.

Keystone

Without Accessories With Accessories 

How to Use This Section

7" Pilaster

Combination Pediment Width

2" Brick Mould

The products in this section of the catalog are organized by size, 
from smallest to largest. Where applicable, part numbers are shown 
for fabricated products with attached accessories, and matching 
unattached accessories are referenced or shown with the product. 

with Bottom Trim

Window Crossheads with Attached Accessories

with Dentil Trim
MLD303 used on 6” Crosshead

MLD304 used on all other Crossheads

with Trim Strip
MLD602

with Keystone

Flat Recessed

Keystone Options

DOOR TRIM TERMINOLOGY

Crosshead

Sunburst Pediment

Fluted Pilaster

Fluted Mull Pilaster

Plinth Block

WINDOW TRIM TERMINOLOGY

Half-Round
Spoked Pediment

Arch Trim

End Cap

Moulding

Window Panel

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*

* Loctite® PL Premium® is owned by Henkel Corporation. 9
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with Trim Strip

3"

6"

1"

with Bottom Trim

3"

7"

1 3/4"

with Dentil Trim

3"

6"

1"

with Keystone 
K6M^

7" 6"

2 1/2"

3 7/8"3"

6"

1"

Standard

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

24" 27 1/2" WCH24X6 WCH24X6K WCH24X6D WCH24X7BT WCH24X6T

28" 31 1/2" WCH28X6 WCH28X6K WCH28X6D WCH28X7BT WCH28X6T

30" 33 1/2" WCH30X6 WCH30X6K WCH30X6D WCH30X7BT WCH30X6T

31" 34 1/2" WCH31X6 WCH31X6K WCH31X6D WCH31X7BT WCH31X6T

32" 35 1/2" WCH32X6 WCH32X6K WCH32X6D WCH32X7BT WCH32X6T

33 5/8" 37 1/8" WCH33X6 WCH33X6K WCH33X6D WCH33X7BT WCH33X6T

34" 37 1/2" WCH34X6 WCH34X6K WCH34X6D WCH34X7BT WCH34X6T

35" 38 1/2" WCH35X6 WCH35X6K WCH35X6D WCH35X7BT WCH35X6T

36" 39 1/2" WCH36X6 WCH36X6K WCH36X6D WCH36X7BT WCH36X6T

37 5/8" 41 1/8" WCH37X6 WCH37X6K WCH37X6D WCH37X7BT WCH37X6T

38" 41 1/2" WCH38X6 WCH38X6K WCH38X6D WCH38X7BT WCH38X6T

40" 43 1/2" WCH40X6 WCH40X6K WCH40X6D WCH40X7BT WCH40X6T

41 5/8" 45 1/8" WCH41X6 WCH41X6K WCH41X6D WCH41X7BT WCH41X6T

43" 46 1/2" WCH43X6 WCH43X6K WCH43X6D WCH43X7BT WCH43X6T

44" 47 1/2" WCH44X6 WCH44X6K WCH44X6D WCH44X7BT WCH44X6T

46" 49 1/2" WCH46X6 WCH46X6K WCH46X6D WCH46X7BT WCH46X6T

47" 50 1/2" WCH47X6 WCH47X6K WCH47X6D WCH47X7BT WCH47X6T

48" 51 1/2" WCH48X6 WCH48X6K WCH48X6D WCH48X7BT WCH48X6T

50" 53 1/2" WCH50X6 WCH50X6K WCH50X6D WCH50X7BT WCH50X6T

51" 54 1/2" WCH51X6 WCH51X6K WCH51X6D WCH51X7BT WCH51X6T

52" 55 1/2" WCH52X6 WCH52X6K WCH52X6D WCH52X7BT WCH52X6T

54" 57 1/2" WCH54X6 WCH54X6K WCH54X6D WCH54X7BT WCH54X6T

56" 59 1/2" WCH56X6 WCH56X6K WCH56X6D WCH56X7BT WCH56X6T

60" 63 1/2" WCH60X6 WCH60X6K WCH60X6D WCH60X7BT WCH60X6T

64" 67 1/2" WCH64X6 WCH64X6K WCH64X6D WCH64X7BT WCH64X6T
^ This part uses Keystone K6M. Refer to page 47 for more Keystone options.

6" Crosshead

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 



www.fypon.com          11

W
in

d
o

w
 &

 D
o

o
r Trim

with Trim Strip

3"

6"

1"

with Bottom Trim

3"

7"

1 3/4"

with Dentil Trim

3"

6"

1"

with Keystone 
K6M^

7" 6"

2 1/2"

3 7/8"3"

6"

1"

Standard

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

66" 69 1/2" WCH66X6 WCH66X6K WCH66X6D WCH66X7BT WCH66X6T

67" 70 1/2" WCH67X6 WCH67X6K WCH67X6D WCH67X7BT WCH67X6T

68" 71 1/2" WCH68X6 WCH68X6K WCH68X6D WCH68X7BT WCH68X6T

72" 75 1/2" WCH72X6 WCH72X6K WCH72X6D WCH72X7BT WCH72X6T

73" 76 1/2" WCH73X6 WCH73X6K WCH73X6D WCH73X7BT WCH73X6T

74" 77 1/2" WCH74X6 WCH74X6K WCH74X6D WCH74X7BT WCH74X6T

76" 79 1/2" WCH76X6 WCH76X6K WCH76X6D WCH76X7BT WCH76X6T

78" 81 1/2" WCH78X6 WCH78X6K WCH78X6D WCH78X7BT WCH78X6T

79" 82 1/2" WCH79X6 WCH79X6K WCH79X6D WCH79X7BT WCH79X6T

80" 83 1/2" WCH80X6 WCH80X6K WCH80X6D WCH80X7BT WCH80X6T

80 1/2" 84" WCH80.5X6 WCH80.5X6K WCH80.5X6D WCH80.5X7BT WCH80.5X6T

84" 87 1/2" WCH84X6 WCH84X6K WCH84X6D WCH84X7BT WCH84X6T

86" 89 1/2" WCH86X6 WCH86X6K WCH86X6D WCH86X7BT WCH86X6T

87" 90 1/2" WCH87X6 WCH87X6K WCH87X6D WCH87X7BT WCH87X6T

96" 99 1/2" WCH96X6 WCH96X6K WCH96X6D WCH96X7BT WCH96X6T

100" 103 1/2" WCH100X6 WCH100X6K WCH100X6D WCH100X7BT WCH100X6T

103" 106 1/2" WCH103X6 WCH103X6K WCH103X6D WCH103X7BT WCH103X6T

104" 107 1/2" WCH104X6 WCH104X6K WCH104X6D WCH104X7BT WCH104X6T

108" 111 1/2" WCH108X6 WCH108X6K WCH108X6D WCH108X7BT WCH108X6T

110" 113 1/2" WCH110X6 WCH110X6K WCH110X6D WCH110X7BT WCH110X6T

144" 147 1/2" WCH144X6 WCH144X6K WCH144X6D WCH144X7BT WCH144X6T
^ This part uses Keystone K6M. Refer to page 47 for more Keystone options.

6" Crosshead
Continued

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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with Dentil Trim with Bottom Trim
with Keystone 

K9MN^ with Trim Strip

3"

9"

1"

3"

10"

1 1/4"

3"

9"

1"

10" 9"

1 7/8"

3 7/8"
3"

9"

1"
Standard

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

32" 35 1/2" WCH32X9N WCH32X9NK WCH32X9ND WCH32X10NBT WCH32X9NT

36" 39 1/2" WCH36X9N WCH36X9NK WCH36X9ND WCH36X10NBT WCH36X9NT

37 5/8" 41 1/8" WCH37X9N WCH37X9NK WCH37X9ND WCH37X10NBT WCH37X9NT

40" 43 1/2" WCH40X9N WCH40X9NK WCH40X9ND WCH40X10NBT WCH40X9NT

44" 47 1/2" WCH44X9N WCH44X9NK WCH44X9ND WCH44X10NBT WCH44X9NT

48" 51 1/2" WCH48X9N WCH48X9NK WCH48X9ND WCH48X10NBT WCH48X9NT

50" 53 1/2" WCH50X9N WCH50X9NK WCH50X9ND WCH50X10NBT WCH50X9NT

54" 57 1/2" WCH54X9N WCH54X9NK WCH54X9ND WCH54X10NBT WCH54X9NT

72" 75 1/2" WCH72X9N WCH72X9NK WCH72X9ND WCH72X10NBT WCH72X9NT

76" 79 1/2" WCH76X9N WCH76X9NK WCH76X9ND WCH76X10NBT WCH76X9NT

84" 87 1/2" WCH84X9N WCH84X9NK WCH84X9ND WCH84X10NBT WCH84X9NT

204" 207 1/2" WCH204X9N WCH204X9NK WCH204X9ND WCH204X10NBT WCH204X9NT
^ This part uses Keystone K9MN. Refer to page 47 for more Keystone options.
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with Dentil Trim with Bottom Trimwith Keystone 
K9M^

with Trim Strip

4 1/2"

9"

1 3/8"

4 1/2"

10"

1 3/4"

4 1/2"

9"

1 3/8"

11" 9"

2 1/2"

6"4 1/2"

9"

1 3/8"

Standard

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

20" 25 1/2" WCH20X9 WCH20X9K WCH20X9D WCH20X10BT WCH20X9T

24" 29 1/2" WCH24X9 WCH24X9K WCH24X9D WCH24X10BT WCH24X9T

25 5/8" 31 1/8" WCH25X9 WCH25X9K WCH25X9D WCH25X10BT WCH25X9T

26" 31 1/2" WCH26X9 WCH26X9K WCH26X9D WCH26X10BT WCH26X9T

27" 32 1/2" WCH27X9 WCH27X9K WCH27X9D WCH27X10BT WCH27X9T

28" 33 1/2" WCH28X9 WCH28X9K WCH28X9D WCH28X10BT WCH28X9T

29 5/8" 35 1/8" WCH29X9 WCH29X9K WCH29X9D WCH29X10BT WCH29X9T

30 1/4" 35 3/4" WCH30X9 WCH30X9K WCH30X9D WCH30X10BT WCH30X9T

32" 37 1/2" WCH32X9 WCH32X9K WCH32X9D WCH32X10BT WCH32X9T

33 5/8" 39 1/8" WCH33X9 WCH33X9K WCH33X9D WCH33X10BT WCH33X9T

34" 39 1/2" WCH34X9 WCH34X9K WCH34X9D WCH34X10BT WCH34X9T

35" 40 1/2" WCH35X9 WCH35X9K WCH35X9D WCH35X10BT WCH35X9T

36" 41 1/2" WCH36X9 WCH36X9K WCH36X9D WCH36X10BT WCH36X9T

37 5/8" 43 1/8" WCH37X9 WCH37X9K WCH37X9D WCH37X10BT WCH37X9T

38" 43 1/2" WCH38X9 WCH38X9K WCH38X9D WCH38X10BT WCH38X9T

40" 45 1/2" WCH40X9 WCH40X9K WCH40X9D WCH40X10BT WCH40X9T

41 5/8" 47 1/8" WCH41X9 WCH41X9K WCH41X9D WCH41X10BT WCH41X9T

42" 47 1/2" WCH42X9 WCH42X9K WCH42X9D WCH42X10BT WCH42X9T

43" 48 1/2" WCH43X9 WCH43X9K WCH43X9D WCH43X10BT WCH43X9T

44" 49 1/2" WCH44X9 WCH44X9K WCH44X9D WCH44X10BT WCH44X9T

45" 50 1/2" WCH45X9 WCH45X9K WCH45X9D WCH45X10BT WCH45X9T

46" 51 1/2" WCH46X9 WCH46X9K WCH46X9D WCH46X10BT WCH46X9T

48" 53 1/2" WCH48X9 WCH48X9K WCH48X9D WCH48X10BT WCH48X9T

49" 54 1/2"  WCH49X9 WCH49X9K WCH49X9D WCH49X10BT WCH49X9T
^ This part uses Keystone K9M. Refer to page 47 for more Keystone options.

9" Crosshead

9" Crosshead continued on next page

For options not shown above, please call Custom Product Sales at 855.397.6647 or 
fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

50" 55 1/2" WCH50X9 WCH50X9K WCH50X9D WCH50X10BT WCH50X9T

54" 59 1/2" WCH54X9 WCH54X9K WCH54X9D WCH54X10BT WCH54X9T

56" 61 1/2" WCH56X9 WCH56X9K WCH56X9D WCH56X10BT WCH56X9T

58" 63 1/2" WCH58X9 WCH58X9K WCH58X9D WCH58X10BT WCH58X9T

60" 65 1/2" WCH60X9 WCH60X9K WCH60X9D WCH60X10BT WCH60X9T

62" 67 1/2" WCH62X9 WCH62X9K WCH62X9D WCH62X10BT WCH62X9T

64" 69 1/2" WCH64X9 WCH64X9K WCH64X9D WCH64X10BT WCH64X9T

65" 70 1/2" WCH65X9 WCH65X9K WCH65X9D WCH65X10BT WCH65X9T

66" 71 1/2" WCH66X9 WCH66X9K WCH66X9D WCH66X10BT WCH66X9T

67" 72 1/2" WCH67X9 WCH67X9K WCH67X9D WCH67X10BT WCH67X9T

68" 73 1/2" WCH68X9 WCH68X9K WCH68X9D WCH68X10BT WCH68X9T

69" 74 1/2" WCH69X9 WCH69X9K WCH69X9D WCH69X10BT WCH69X9T

70" 75 1/2" WCH70X9 WCH70X9K WCH70X9D WCH70X10BT WCH70X9T

72" 77 1/2" WCH72X9 WCH72X9K WCH72X9D WCH72X10BT WCH72X9T

73" 78 1/2" WCH73X9 WCH73X9K WCH73X9D WCH73X10BT WCH73X9T

74" 79 1/2" WCH74X9 WCH74X9K WCH74X9D WCH74X10BT WCH74X9T

75" 80 1/2" WCH75X9 WCH75X9K WCH75X9D WCH75X10BT WCH75X9T

76" 81 1/2" WCH76X9 WCH76X9K WCH76X9D WCH76X10BT WCH76X9T

77" 82 1/2" WCH77X9 WCH77X9K WCH77X9D WCH77X10BT WCH77X9T

78" 83 1/2" WCH78X9 WCH78X9K WCH78X9D WCH78X10BT WCH78X9T

80" 85 1/2" WCH80X9 WCH80X9K WCH80X9D WCH80X10BT WCH80X9T

81" 86 1/2" WCH81X9 WCH81X9K WCH81X9D WCH81X10BT WCH81X9T

82" 87 1/2" WCH82X9 WCH82X9K WCH82X9D WCH82X10BT WCH82X9T

84" 89 1/2" WCH84X9 WCH84X9K WCH84X9D WCH84X10BT WCH84X9T

9" Crosshead
Continued

 ^ This part uses Keystone K9M. Refer to page 47 for more Keystone options.

with Dentil Trim with Bottom Trimwith Keystone 
K9M^

with Trim Strip

4 1/2"

9"

1 3/8"

4 1/2"

10"

1 3/4"

4 1/2"

9"

1 3/8"

11" 9"

2 1/2"

6"4 1/2"

9"

1 3/8"

Standard

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

85" 90 1/2" WCH85X9 WCH85X9K WCH85X9D WCH85X10BT WCH85X9T

86" 91 1/2"  WCH86X9 WCH86X9K WCH86X9D WCH86X10BT WCH86X9T

88" 93 1/2" WCH88X9 WCH88X9K WCH88X9D WCH88X10BT WCH88X9T

90" 95 1/2" WCH90X9 WCH90X9K WCH90X9D WCH90X10BT WCH90X9T

93" 98 1/2" WCH93X9 WCH93X9K WCH93X9D WCH93X10BT WCH93X9T

96" 101 1/2" WCH96X9 WCH96X9K WCH96X9D WCH96X10BT WCH96X9T

99" 104 1/2" WCH99X9 WCH99X9K WCH99X9D WCH99X10BT WCH99X9T

100" 105 1/2" WCH100X9 WCH100X9K WCH100X9D WCH100X10BT WCH100X9T

101" 106 1/2" WCH101X9 WCH101X9K WCH101X9D WCH101X10BT WCH101X9T

103" 108 1/2" WCH103X9 WCH103X9K WCH103X9D WCH103X10BT WCH103X9T

104" 109 1/2" WCH104X9 WCH104X9K WCH104X9D WCH104X10BT WCH104X9T

108" 113 1/2" WCH108X9 WCH108X9K WCH108X9D WCH108X10BT WCH108X9T

110" 115 1/2" WCH110X9 WCH110X9K WCH110X9D WCH110X10BT WCH110X9T

112" 117 1/2" WCH112X9 WCH112X9K WCH112X9D WCH112X10BT WCH112X9T

113" 118 1/2" WCH113X9 WCH113X9K WCH113X9D WCH113X10BT WCH113X9T

120" 125 1/2" WCH120X9 WCH120X9K WCH120X9D WCH120X10BT WCH120X9T

124" 129 1/2" WCH124X9 WCH124X9K WCH124X9D WCH124X10BT WCH124X9T

144" 149 1/2" WCH144X9 WCH144X9K WCH144X9D WCH144X10BT WCH144X9T

192" 197 1/2" WCH192X9 WCH192X9K WCH192X9D WCH192X10BT WCH192X9T

196" 201 1/2" WCH196X9 WCH196X9K WCH196X9D WCH196X10BT WCH196X9T

197" 202 1/2" WCH197X9 WCH197X9K WCH197X9D WCH197X10BT WCH197X9T

200" 205 1/2" WCH200X9 WCH200X9K WCH200X9D WCH200X10BT WCH200X9T

204" 209 1/2" WCH204X9 WCH204X9K WCH204X9D WCH204X10BT WCH204X9T

207" 212 1/2" WCH207X9 WCH207X9K WCH207X9D WCH207X10BT WCH207X9T

9" Crosshead
Continued

^ This part uses Keystone K9M. Refer to page 47 for more Keystone options.

with Dentil Trim with Bottom Trimwith Keystone 
K9M^

with Trim Strip

4 1/2"

9"

1 3/8"

4 1/2"

10"

1 3/4"

4 1/2"

9"

1 3/8"

11" 9"

2 1/2"

6"4 1/2"

9"

1 3/8"

Standard

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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with Dentil Trim with Bottom Trimwith Keystone 
K12M^

with Trim Strip

12"

1 3/8"

4 1/2"

13"

1 3/4"

4 1/2"

12"

1 3/8"

4 1/2"

3 1/2"

5 3/4"

12"

1"

1 3/8"

4 1/2"

12"

Standard

^ This part uses Keystone K12M only.

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

36" 41 1/2" WCH36X12 WCH36X12K WCH36X12D WCH36X13BT WCH36X12T

37 5/8" 43 1/8" WCH37X12 WCH37X12K WCH37X12D WCH37X13BT WCH37X12T

40" 45 1/2" WCH40X12 WCH40X12K WCH40X12D WCH40X13BT WCH40X12T

44" 49 1/2" WCH44X12 WCH44X12K WCH44X12D WCH44X13BT WCH44X12T

48" 53 1/2" WCH48X12 WCH48X12K WCH48X12D WCH48X13BT WCH48X12T

54" 59 1/2" WCH54X12 WCH54X12K WCH54X12D WCH54X13BT WCH54X12T

56" 61 1/2" WCH56X12 WCH56X12K WCH56X12D WCH56X13BT WCH56X12T

64" 69 1/2" WCH64X12 WCH64X12K WCH64X12D WCH64X13BT WCH64X12T

72" 77 1/2" WCH72X12 WCH72X12K WCH72X12D WCH72X13BT WCH72X12T

96" 101 1/2" WCH96X12 WCH96X12K WCH96X12D WCH96X13BT WCH96X12T

102" 107 1/2" WCH102X12 WCH102X12K WCH102X12D WCH102X13BT WCH102X12T

104" 109 1/2" WCH104X12 WCH104X12K WCH104X12D WCH104X13BT WCH104X12T

144" 149 1/2" WCH144X12 WCH144X12K WCH144X12D WCH144X13BT WCH144X12T

200" 205 1/2" WCH200X12 WCH200X12K WCH200X12D WCH200X13BT WCH200X12T

203" 208 1/2" WCH203X12 WCH203X12K WCH203X12D WCH203X13BT WCH203X12T

213" 218 1/2" WCH213X12 WCH213X12K WCH213X12D WCH213X13BT WCH213X12T

12" Crosshead

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Standard

14"

2"

4 1/2"

Width Overall Width Part Number

36" 41 1/2" WCH36X14BT

70" 75 1/2" WCH70X14BT

72" 77 1/2" WCH72X14BT

76" 81 1/2" WCH76X14BT

96" 101 1/2" WCH96X14BT

144" 149 1/2" WCH144X14BT

14" Crosshead

NOTE: This part only comes moulded with bottom trim.

9" Crosshead Arch continued on next page

with Keystone 
K6M^

1”

3 7/8"

10"

1"

1”

3"

10"

Standard

Width Overall Width Height Part Number
Part Number w/  

Keystone

34" 42 7/8" 10" WCH6ARS34X10 WCH6ARS34X10K
^ This part uses Keystone K6M. Refer to page 47 for more Keystone options.

6" Crosshead Arch

with Keystone 
K9M^

Standard

Width Overall Width Height Part Number
Part Number w/  

Keystone
Part Number w/  

Bottom Trim

33" 48 1/16" 14" WCHARS33X14 WCHARS33X14K WCHARS33X15BT

36" 49 7/32" 13" WCHARS36X13 WCHARS36X13K WCHARS36X14BT

43" 55 1/4" 13" WCHARS43X13 WCHARS43X13K WCHARS43X14BT

54" 68 1/8" 16" WCHARS54X16 WCHARS54X16K WCHARS54X17BT
^ This part uses Keystone K9M. Refer to page 47 for more Keystone options.

with Bottom Trim

9" Crosshead Arch 
Solid

Height Height Height

13/4"

13/16" 13/16" 13/4"1"

41/2" 41/2"
6"

Height Height Height

13/4"

13/16" 13/16" 13/4"1"

41/2" 41/2"
6"

Height Height Height

13/4"

13/16" 13/16" 13/4"1"

41/2" 41/2"
6"
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with Bottom Trimwith Keystone 
K10SEG^

11 3/8"

1 3/4"

3 1/4"

11 3/8" 8 1/2"

1 1/8"

4 5/8"

10 3/8"

1 1/8"

3 1/4"

Standard

Width Inside Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/  

Bottom Trim

37 1/4" 28" 41 1/2" WCHSEG28X10 WCHSEG28X10K WCHSEG28X11BT

39 1/8" 29 7/8" 43 3/8" WCHSEG30X10 WCHSEG30X10K WCHSEG30X11BT

44" 34" 48 1/4" WCHSEG34X10 WCHSEG34X10K WCHSEG34X11BT

45" 36" 49 1/4" WCHSEG36X10 WCHSEG36X10K WCHSEG36X11BT

48" 43" 52 1/4" WCHSEG43X10 WCHSEG43X10K WCHSEG43X11BT

44" 44" 53 1/4" WCHSEG44X10 WCHSEG44X10K WCHSEG44X11BT

73 1/4" 64" 77 1/2" WCHSEG64X10 WCHSEG64X10K WCHSEG64X11BT

81" 72" 85 1/4" WCHSEG72X10 WCHSEG72X10K WCHSEG72X11BT
^ This part uses Keystone K10SEG only.

10" Eyebrow Crosshead

with Keystone 
K9M^

6"

Height

1 3/16"

4 1/2"

Height

1 3/16"
Standard with Bottom Trim

4 1/2"

Height

1 3/4"

9" Crosshead Arch 
Solid continued

Width Overall Width Height Part Number
Part Number w/  

Keystone
Part Number w/  

Bottom Trim

64" 75 13/32" 14" WCHARS64X14 WCHARS64X14K WCHARS64X15BT

68" 77 9/32" 12" WCHARS68X12 WCHARS68X12K WCHARS68X13BT

68" 80 13/16" 16" WCHARS68X16 WCHARS68X16K WCHARS68X17BT

72" 82 1/32" 13" WCHARS72X13 WCHARS72X13K WCHARS72X14BT

75" 84 7/8" 13 3/8" WCHARS75X13 WCHARS75X13K WCHARS75X14BT

80" 91 9/32" 15" WCHARS80X15 WCHARS80X15K WCHARS80X16BT

84" 95 23/32" 16" WCHARS84X16 WCHARS84X16K WCHARS84X17BT

89" 98 11/32" 13" WCHARS89X13 WCHARS89X13K WCHARS89X14BT

97" 108 11/16" 17" WCHARS97X17 WCHARS97X17K WCHARS97X18BT

101" 110" 13" WCHARS101X13 WCHARS101X13K WCHARS101X14BT

108" 119 29/32" 19 1/4" WCHARS108X19 WCHARS108X19K WCHARS108X20BT
^ This part uses Keystone K9M. Refer to page 47 for more Keystone options.
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with Bottom Trimwith Dentil TrimStandard with Trim Strip

8"

4 9/16"

7/8"

9"

4 9/16"

1 3/4"

8"

7/8"

4 9/16"

8"

4 9/16"

7/8"

Width Overall Width Part Number
Part Number w/ 

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

33" 38 7/32" CCA33X8 CCA33X8D CCA33X9BT CCA33X8T

40" 45 7/32" CCA40X8 CCA40X8D CCA40X9BT CCA40X8T

8" Crosshead

with Bottom Trim with Trim Stripwith Keystone 
KCCA10^

with Dentil TrimStandard

10 11/16"

4 9/16"

1 3/4"

9 11/16"

4 9/16"

7/8"

9 11/16"

7/8"

4 9/16"

9 11/16"

4 9/16"

7/8"

6"
11"

7/8"

^ This part uses Keystone KCCA10 only.

Width Overall Width Part Number
Part Number w/ 

Keystone
Part Number w/ 

Dentil Trim
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

32" 37 7/32" CCA32X10 CCA32X10K CCA32X10D CCA32X11BT CCA32X10T

34" 39 7/32" CCA34X10 CCA34X10K CCA34X10D CCA34X11BT CCA34X10T

36" 41 7/32" CCA36X10 CCA36X10K CCA36X10D CCA36X11BT CCA36X10T

40" 45 7/32" CCA40X10 CCA40X10K CCA40X10D CCA40X11BT CCA40X10T

47" 52 7/32" CCA47X10 CCA47X10K CCA47X10D CCA47X11BT CCA47X10T

52" 57 7/32" CCA52X10 CCA52X10K CCA52X10D CCA52X11BT CCA52X10T

64" 69 7/32" CCA64X10 CCA64X10K CCA64X10D CCA64X11BT CCA64X10T

72" 77 7/32" CCA72X10 CCA72X10K CCA72X10D CCA72X11BT CCA72X10T

100" 105 7/32" CCA100X10 CCA100X10K CCA100X10D CCA100X11BT CCA100X10T

106" 111 7/32" CCA106X10 CCA106X10K CCA106X10D CCA106X11BT CCA106X10T

199" 204 7/32" CCA199X10 CCA199X10K CCA199X10D CCA199X11BT CCA199X10T

200" 205 7/32" CCA200X10 CCA200X10K CCA200X10D CCA200X11BT CCA200X10T

10" Crosshead

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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with Bottom Trimwith Keystone 
KCCB8^

Standard with 
Trim Strip

1 1/8"

3 3/4"

8 5/32"9 5/32"

1 3/4"

3 3/4"

2 1/8"

5 29/32"

9 1/2"8 5/32"

Width Overall Width
Part Number w/ 

Keystone
Part Number w/  

Bottom Trim
Part Number w/  

Trim Strip

24" 29 1/4"  CCB24X8K CCB24X9BT CCB24X8

32" 37 1/4" CCB32X8K CCB32X9BT CCB32X8

36" 41 1/4" CCB36X8K CCB36X9BT CCB36X8

40" 45 1/4" CCB40X8K CCB40X9BT CCB40X8

64" 69 1/4" CCB64X8K CCB64X9BT CCB64X8

101" 106 1/4" CCB101X8K CCB101X9BT CCB101X8

198" 203 1/4" CCB198X8K CCB198X9BT CCB198X8
^ This part uses Keystone KCCB8 only. 

8" Crosshead

Standard

5 13/32"

2 1/32"

13 5/32"

Width Overall Width Part Number w/ Dentil Trim & Trim Strip

82" 88 23/32" CCC82X13

13" Craftsman Crosshead

Standard

8"

2 1/2"

1 1/2"

Width Overall Width Part Number

48" 51" CHA48X8BT

204" 207" CHA204X8BT

8" Craftsman Crosshead

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Width Overall Width Part Number Pediment Pilaster

58" 67 1/2" LDCH58X18 SP667 Pg. 27
AP667 Pg. 30

RHP667 Pg. 31
PCP667 Pg. 31

All 11" Pilasters

62" 71 1/2" LDCH62X18

87" 96 1/2" LDCH87X18 —

90 1/2" 100" LDCH90X18
RHP6100 Pg. 31

94 1/2" 104" LDCH94X18
NOTE: Large Door Crosshead matches all 11" Pilasters. 

Standard

18 1/4"

5 1/2"

2 3/4"

Large Door Crosshead
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Part Number Width (A) Height (B) Projection (C) Flat Trim Decorative Trim

 SWDH24X12 24" 12" 1 3/4" AR24X4F —

 SWDH28X14 28" 14" 1 3/4" AR28X4F —

 SWDH30X15 30" 15" 1 3/4" — —

 SWDH32X16 32" 16" 1 3/4" — —

 SWDH33X17 33 5/8" 16 13/16" 1 3/4" AR33X4F —

 SWDH36X18 36" 18" 1 3/4" AR36X4F
AR36X6F

AR36X4M, AR36X6M
AR36X10MC

 SWDH37X19 37 5/8" 18 13/16" 1 3/4" AR37X4F AR37X6M

 SWDH40X20 40" 20" 1 3/4" — AR40X6M
DVP40

 SWDH42X21 42" 21" 1 3/4" — —

 SWDH44X22 44" 22" 1 3/4" — —

 SWDH48X24 48" 24" 1 3/4" AR48X4F
AR48X6F

AR48X4M, AR48X6M
AR48X10MC

 SWDH52X26 52" 26" 1 3/4" — —

 SWDH56X28 56" 28" 1 3/4" AR56X4F —

 SWDH60X30 60" 30" 1 3/4" AR60X6F
AR60X6M

AR60X10MC

 SWDH64X32 64" 32" 1 3/4" — AR64X10MC

 SWDH68X34 68" 34" 1 3/4" — AR68X10MC

 SWDH72X36 72" 36" 1 3/4" AR72X4F
AR72X6F

AR72X4M
AR72X6M

 SWDH76X38 76" 38" 1 3/4" — —

 SWDH100X50 100" 50" 1 3/4" — —

Half-Round Sunburst

A

B

C

Keystone  
KWM180M Page 47

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Width (A) Height (B) Projection (C)

 SWDH36X9 36" 9" 1 3/4"

 SWDH40X10 40" 10" 1 3/4"

 SWDH46X13 46" 13" 1 3/4"

 SWDH48X13 48" 13" 1 3/4"

 SWDH54X13 54" 13" 1 3/4"

 SWDH60X13 59 5/8" 12 1/2" 1 3/4"

 SWDH64X13 63 5/8" 13" 1 3/4"

 SWDH68X14 67 5/8" 14" 1 3/4"

 SWDH72X14 72" 14" 1 3/4"

 SWDH76X15 76" 15" 1 3/4"

 SWDH78X16 78" 16" 1 3/4"

 SWDH80X15 79 1/2" 15" 1 3/4"

 SWDH96X17 95 5/16" 17" 1 3/4"

 SWDH104X18 104" 18" 1 3/4"

Part Number Width (A) Height (B) Projection (C)

 ESWDH76X23 76 7/8" 23" 3 9/16"

Segment Sunburst

Elliptical Sunburst
with Decorative Trim

A

B

C

A

B

C

Keystone  
KWM180M Page 47

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Height (B) Projection (C)

 SWDH36X18-4FK 43" 22 7/16" 2 1/4"

Part Number Width (A) Height (B) Projection (C) Pitch (D)

 PSWDH60X30 60" 30" 1 3/4" 12 / 12

 PSWDH78X32 78" 32 1/2" 1 3/4" 10 / 12

 PSWDH84X28 84" 28" 1 3/4" 8 / 12

Part Number Width (A) Height (B) Projection (C) Flat Trim Decorative Trim

 HRSP36X18 36" 18" 1 3/4" AR36X4F 
AR36X6F

AR36X4M, AR36X6M
AR36X10MC

 HRSP48X24 48" 24" 1 3/4" AR48X4F 
AR48X6F

AR48X4M, AR48X6M
AR48X10MC

 HRSP72X36 72" 36" 1 3/4" AR72X4F 
AR72X6F

AR72X4M 
AR72X6M

Half-Round Sunburst
with Flat Trim & Keystone

Peaked Sunburst

Half-Round Spoked Pediment

A

B

C

A

B
D

C

A

B

C

Flat Trim 
FLT152

Keystone  
KWM180M Page 47

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Overall Width (B) Height (C) Projection (D)
Breastboard 
Thickness

Part Number
 w/ Bottom Trim

 CSP50 50" 54 1/2" 20 3/4" 3 1/8" 1" CSP50BT

 CSP54 54" 58 1/2" 21 3/8" 3 1/8" 1"  CSP54BT

 CSP75 75" 79 5/8" 23 3/4" 3 1/8" 1" CSP75BT

 CSP80 80" 84 5/8" 25 1/2" 3 1/8" 1"  CSP80BT

 CSP85 85" 89 1/2" 26 3/8" 3 1/8" 1"  CSP85BT

Combination Sunburst Pediment

A
BD

C

NOTE: Bottom trim adds 1" to overall height.

Part Number Width (A) Height (B) Projection (C) Crosshead

 SP56 57" 16 3/4" 4 1/2" WCH50X9

 SP667 69 1/4" 20 3/8" 5 1/2" LDCH58X18
LDCH62X18

 SP86 87 3/16" 22 1/2" 4 1/2" WCH81X9

 SP91 92 1/2" 26" 4 1/2" WCH86X9

 SP98 100" 24" 4 3/8" WCH90X9
WCH93X9

Sunburst Pediment

A

B

C

A
B

C

D

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Overall Width (B) Overall Height (C) Projection (D) Pitch (E)
Breastboard 
Thickness

Part Number 
w/ Bottom Trim

 CPCP48 47 1/2" 52" 19 1/2" 3 1/8" 6 / 12 1" CPCP48BT

 CPCP50 50" 54 1/2" 20 1/4" 3 1/8" 6 / 12 1" CPCP50BT

 CPCP54 54" 58 1/4" 21" 3 1/8" 6 / 12 1" CPCP54BT

 CPCP58 58" 62 3/8" 22" 3 1/8" 6 / 12 1" CPCP58BT

 CPCP67 67 1/2" 72" 24 1/2" 3 1/8" 6 / 12 1" CPCP67BT

 CPCP75 75" 79 9/16" 26 1/4" 3 1/8" 6 / 12 1" CPCP75BT

 CPCP80 80" 84 1/2" 27 5/8" 3 1/8" 6 / 12 1" CPCP80BT

 CPCP85 85" 89 1/2" 28 3/4" 3 1/8" 6 / 12 1" CPCP85BT

Combination Peaked Cap Pediment

A
B

D

E

C

NOTE: Bottom trim adds 1" to overall height.

Part Number Width (A) Overall Width (B) Overall Height (C) Projection (D) Pitch (E)
Part Number 

w/ Bottom Trim

 CAP47E^ 47" 50 1/8" 13 5/8" 2 1/8" 5 / 12 —

 CAP50 50" 54 1/2" 21 1/8" 3 1/8" 6 / 12 CAP50BT

 CAP54 54" 58 1/2" 21 3/8" 3 1/8" 6 / 12 CAP54BT

 CAP58 58" 62 1/2" 21 3/4" 3 1/8" 6 / 12 CAP58BT

 CAP67 67 1/2" 72" 24 1/8" 3" 6 / 12 CAP67BT

 CAP75 75" 79 1/2" 25 1/8" 3 1/8" 6 / 12 CAP75BT

 CAP80 80" 84 7/16" 25 3/8" 3 1/8" 5 1/2 / 12 CAP80BT

 CAP85 85" 89 3/8" 28 3/4" 3 1/8" 5 / 12 CAP85BT

Combination Acorn Pediment

A
B

D

E
C

NOTE: Bottom trim adds 1" to overall height.
^ Economy style; does not have breastboard. Accessories cannot be added.

NOTE: Acorn ships unattached in carton. 

A
B

C

D

E

E

A
B

C

D
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Part Number Width (A) Overall Width (B) Overall Height (C) Projection (D)
Breastboard 
Thickness

Part Number w/  
Bottom Trim

 CRHP50 50" 54" 23 13/16" 3 1/8" 1" CRHP50BT

 CRHP54 54" 58" 23 1/2" 3 1/8" 1" CRHP54BT

 CRHP67 67 1/2" 71 1/2" 27" 3 1/8" 1" CRHP67BT

 CRHP75 75" 79" 29 1/16" 3 1/8" 1" CRHP75BT

 CRHP80 80" 84" 35 3/4" 3 1/8" 1" CRHP80BT

 CRHP85 85" 89" 33 9/16" 3 1/8" 1" CRHP85BT

Part Number Width (A) Overall Width (B) Height (C) Projection (D) Part Number w/ Bottom Trim

 CCP37 37 5/8" 41 13/16" 20 1/2" 4 1/2" CCP37BT

Combination Rams Head Pediment

Combination Peaked Cap Pediment
with Bottom Trim

C

B
AD

C

B
A

D

C

D

B
A

NOTE: Bottom trim adds 1" to overall height.

NOTE: Urn ships unattached in carton. 

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Overall Width (B) Height (C) Projection (D)
Part Number w/

Bottom Trim

 CSAP36 36" 41 1/2" 20" 4 1/2" CSAP36BT

 CSAP38 38" 43 1/2" 20" 4 1/2" CSAP38BT

 CSAP48 48" 53 1/2" 22 1/2" 4 1/2" CSAP48BT

 CSAP65 65" 70 1/2" 28 3/8" 4 1/2" CSAP65BT

 CSAP84 84" 89 1/2" 28" 4 1/2" CSAP84BT

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D) Crosshead

 AP56 57" 16 5/8" 4 1/2" 6 1/2 / 12 WCH50X9

 AP61 62" 16 3/4" 4 1/2" 7 / 12 WCH54X9
WCH56X9

 AP667 68 7/8" 23 1/4" 5 1/2" 12 / 12 LDCH58X18
LDCH62X18

 AP86 87 3/16" 24" 4 1/2" 7 / 12 WCH81X9

 AP91 92 1/8" 24 1/2" 4 1/2" 6 / 12 WCH86X9

 AP98 99 1/16" 24 1/2" 4 1/2" 6  / 12 WCH90X9
WCH93X9

Combination Segment Arch Pediment

Acorn Pediment

B
A

C

D

B
A

C

D

D

A

B

CNOTE: Acorn ships unattached in carton.

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Overall Width (A) Overall Height (B) Projection (C) Crosshead

 RHP56 60 7/8" 19 1/16" 4 1/2" WCH50X9

 RHP667 73 1/2" 21 7/16" 5 1/2" LDCH58X18
LDCH62X18

 RHP86 93 1/4" 29 1/2" 4 1/2" WCH81X9

 RHP6100 107 5/16" 29 3/8" 5 1/2" LDCH90X18
LDCH94X18

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D) Crosshead

 AP115 105"-115" 25 5/8" 4 1/2" 6 / 12 9" WCH from
100"-110"

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D) Crosshead

 PCP56 56 7/16" 13 5/8" 4 1/2" 5 1/2  / 12 WCH50X9

 PCP667 68 3/4" 23 5/8" 4 1/2" 8 / 12 LDCH58X18
LDCH62X18

Rams Head Pediment

Acorn Pediment
Adjustable

Peaked Cap Pediment

A

B

C

D

A

B

C

A

D

B

C

NOTE: Urn ships unattached in carton.

NOTE: Ships in 4 pieces.



www.fypon.com          32

W
in

d
o

w
 &

 D
o

o
r T

rim

Part Number Sunburst Width (A) Overall Width (B) Height (C) Radius Keystone Projection (D) Pilaster

 AR40X54PSK 40" 54" 29" 20" 2 5/8" PIL7X90DP^

Part Number Inside Width (A) Inside Height Overall Width (B) Radius Pitch (C) Accessories

 DVP40 40" 24 1/2" 67 1/4" 20" 7 / 12 PIL8X90P, PIL8X108P
SWDH40X20

Part Number Sunburst Width (A) Overall Width (B) Height (C) Radius Keystone Projection (D) Pilaster

 AR36X10SK 36" 56" 30 1/16" 2 3/4" 4" PIL10X96A^
PIL10X192A^

7" Panel Arch
with Sunburst & Keystone

Deluxe Victorian Pediment

10" Decorative Arch

C

D

A
B

A

C

B

C

D

A
B

^ PIL7X90DP matches this arch profile only.

^ This arch matches PIL10X96A and PIL10X192A only.
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Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL5X90P 5 1/4" 90" 1 5/8" 10 1/16"

PIL6X90P 6" 90" 2 1/2" 13 3/16"

PIL7X90P 7" 90" 2 1/2" 13 3/16"

PIL8X90P 8" 90" 2 1/2" 13 3/16"

PIL9X90P 9" 90" 3" 14 1/2"

PIL11X90P 11" 90" 3 1/2" 13 3/16"

Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL7X90PE 7" 90" 1 5/16" 14 3/16"

Plain Pilaster
Moulded with Plinth

Plain Economy Pilaster
Moulded with Plinth

NOTE: Sold in pairs

NOTE: Sold in pairs

A

B

D

C

A

B

D

C

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL5X108P 5 1/4" 108" 1 5/8" 10"

PIL6X120P 6" 120" 2 1/2" 13 3/16"

PIL7X108P 7" 108" 2 1/2" 13"

PIL7X120P 7" 120" 2 1/2" 13"

PIL8X108P 8" 108" 2 5/8" 13"

PIL9X108P 9" 108" 3" 14 1/2"

PIL9X120P 9" 120" 3" 14 1/2"

PIL10X120P 10" 120" 3 1/4" 14 1/2"

PIL11X96P 11" 96" 3 1/2" 14 1/2"

PIL11X108P 11" 108" 3 1/2" 14 1/2"

PIL11X109P 11" 109" 3 1/2" 14 1/2"

PIL11X120P 11" 120" 3 1/2" 14 1/2"

Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL5X90DP 5 1/4" 90" 1 5/8" 8"

PIL7X90DP 7" 90" 2 1/2" 13 3/16"

PIL9X90DP 9" 90" 3" 14 1/2"

PIL9X100DP 9" 100" 3" 14 1/2"

PIL11X90DP 11" 90" 31/2" 14 1/2"

PIL11X108DP 11" 108" 31/2" 14 1/2"

Plain Pilaster
Two-Piece Adjustable

Double Panel Pilaster
Moulded with Plinth

NOTE: Sold in pairs

NOTE: Sold in pairs

A

B

C

D

A

B

D

C

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out  our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL7X90DPE 7" 90" 1 5/16" 14 3/16"

Double Panel Economy Pilaster
Moulded with Plinth

NOTE: Sold in pairs

A

B

D

C

Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL3X81 3 1/2" 81" 1 5/8" 10"

PIL4X83 4 1/2" 82 3/4" 1 5/8” 7 3/4"

PIL4X86 4 1/2" 86" 1 5/8" 11"

PIL4X90 4 1/2" 90" 1 5/8" 10"

PIL5X82 5 1/4" 82" 1 11/16" 8"

PIL5X90 5 1/4" 90" 1 11/16" 10 1/8"

PIL6X90 6 1/4" 90" 2 1/2" 13 3/16"

PIL7X90 7" 90" 2 1/2" 13 3/16"

PIL9X90 9" 90" 3" 14 1/2"

PIL11X90 11" 90" 3 1/2" 14 1/2"

Fluted Pilaster
Moulded with Plinth

NOTE: Sold in pairs

A

B

D

C

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL3X90E 3" 90" 1 1/4" 14 3/16"

PIL5X90E 5 1/4" 90" 1 1/4" 14 3/16"

PIL7X90E 7" 90" 1 5/16" 14 3/16"

PIL9X90E 9" 90" 1 5/16" 14 3/16"

Fluted Economy Pilaster
Moulded with Plinth

NOTE: Sold in pairs

A

B

D

C

Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL3X108 3 1/2" 108" 1 5/8" 10"

PIL4X108 4 1/2" 108" 1 5/8" 10"

PIL5X108 5 1/4" 108" 1 5/8" 10"

PIL6X108 6 1/4" 108" 2 1/2" 13 3/16"

PIL6X144 6 1/4" 144" 2 1/2" 13 3/16"

PIL7X102 7" 102" 2 1/2" 13 3/16"

PIL7X108 7" 108" 2 1/2" 13"

PIL7X144 7" 144" 2 1/2" 13"

PIL8X90 8" 90" 2 1/2" 13"

PIL8X108 8" 108" 2 1/2" 13"

PIL8X144 8" 144" 2 1/2" 13"

PIL9X102 9" 102" 3" 14 1/2"

PIL9X108 9" 108" 3" 14 1/2"

PIL9X144 9" 144" 3" 14 1/2"

PIL11X108 11" 108" 3 1/2" 14 1/2"

PIL11X120 11" 120" 3 1/2" 14 1/2"

PIL11X144 11" 144" 3 1/2" 14 1/2"

Fluted Pilaster
Two-Piece Adjustable

NOTE: Sold in pairs

A

B

D

C
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Part Number Width (A) Height (B) Projection (C) Plinth Block Height (D)

PIL5X120E 5 1/4" 120" 1 1/4" 14 3/16"

PIL7X120E 7" 120" 1 5/16" 14 3/16"

Part Number Width (A) Height (B) Projection (C)

PIL10X96A 10" 96" 2 3/8"

PIL10X192A 10" 192" 2 3/8"

Part Number Width (A) Shaft Height^ (B) Top Projection (C) Bottom Projection (D)

PIL10X96HC 10" 93 5/8" 4 7/8" 5 17/32"

Fluted Economy Pilaster
Two-Piece Adjustable

Arch Profile Pilaster
Matches 10M Decorative Arches

Half-Round Pilaster
Adjustable Column

NOTE: Sold in pairs

NOTE: Sold in pairs. See page 42 for matching arches.

NOTE: Sold in pairs
^ Overall height is adjustable from 80"-96". Shaft sits on top of plinth, which is 3" in height.

A

B

D

C

A

C

B

A

B

C

D
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Part Number Width (A) Height (B) Projection (C)

PIL2X86M 2" 86" 1"

Fluted Mull
Moulded with Plinth

NOTE: Sold in pairs

A

C

B

Part Number Width (A) Height (B) Projection (C)

FP9X168^ 8 1/2" 168" 1 1/4"

FP12X96 12" 96" 1 1/2"

Fluted Panel Trim

^ Actual product has flutes running the full length on this size only.
A

C

B
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Part Number Inside Width (A) Inside Height (B) Radius (C)

 AR24X4F 24 1/8" 16 1/16" 12 1/16"

 AR28X4F 28 1/2" 18 1/4" 14 1/4"

 AR33X4F 33 5/8" 20 13/16" 16 13/16"

 AR36X4F 36" 22" 18"

 AR37X4F 37 5/8" 22 13/16" 18 13/16"

 AR41X4F 41 5/8" 24 13/16" 20 13/16"

 AR48X4F 48" 28" 24"

 AR56X4F 56 1/2" 32 1/4" 28 1/4"

 AR67X4F 67 5/16" 37 21/32" 33 21/32"

 AR72X4F 72" 40" 36"

 AR75X4F 75 5/16" 41 21/32" 37 21/32"

Part Number Inside Width (A) Inside Height (B) Radius (C)

 AR36X4M 36" 22" 18"

 AR48X4M 48" 28" 24"

 AR72X4M 71 7/8" 39 15/16" 35 15/16"

Half-Round Arch Trim
4F Flat

Half-Round Arch Trim
4M Decorative

A

B
C

A

B
C

Keystone 
K4TF^

Keystone 
KP4TF^

Keystone 
K4TM^

Keystone 
KP4TM^

Flat Trim 
FLT152

Plinth Block 
PB4X4

Plinth Block 
PB215

^ This part uses Keystones K4TF and KP4TF only.

^ This part uses Keystones K4TM and KP4TM only.

Moulding 
MLD215

Accessories

Accessories

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Inside Width (A) Inside Height (B) Radius (C)

AR36X6F 36" 22" 18"

AR48X6F 48" 28" 24"

AR60X6F 60" 34" 30"

AR72X6F 72" 40" 36"

Part Number Width (A) Projection (B) Height (C)

  AR6C 6" 2" 5/8"
A C

B

Part Number Inside Width (A) Inside Height (B) Radius (C)

AR36X6M 36" 22 1/32" 18 1/32"

AR37X6M 37 5/8" 22 13/16" 18 13/16"

AR40X6M 40" 24" 20"

AR48X6M 48" 28" 24"

AR60X6M 60" 34" 30"

AR72X6M 72" 40" 36"

Half-Round Arch Trim
6F Flat

Half-Round Arch Trim
6M Decorative

End Cap
for 6F & 6M Arch Trim

A

B
C

A

B
C

Keystone 
K6TF^

Keystone 
KP6TF^

Keystone 
K6TM^

Keystone 
KP6TM^

Flat Trim 
FLT159

Plinth Block 
PB6X6

Plinth Block 
PB220

^ This part uses Keystones K6TF and KP6TF only.

^ This part uses Keystones K6TM and KP6TM only.

NOTE: Sold in pairs

End Cap
AR6C

End Cap
AR6C

Accessories

Accessories

Moulding
MLD220
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Part Number Inside Width (A) Inside Height (B) Projection (C) Trim Width (D) Radius (E) Accessories

ARSEG54X8X4F 54 15/16" 8 5/8" 1" 3 1/2" 48 1/16" K4TF^,  KP4TF^ 
FLT152

ARSEG66X9X4F 66 3/16" 9 15/16" 1" 3 1/2" 60 1/16" K4TF^,  KP4TF^
FLT152

ARSEG78X11X4F 78 5/16" 11 9/16" 1" 3 1/2" 72 1/16" K4TF^,  KP4TF^
FLT152

ARSEG48X3X5F 48" 2 11/16" 1" 5" 107 5/8" K5TF^

ARSEG78X8X5F 78" 7 5/16" 1" 5" 107 5/8" K5TF^

ARSEG78X11X6F 78 5/16" 11 9/16" 1" 5 1/2" 72 1/16" K6TF^,  KP6TF^
FLT159

Part Number Inside Width (A) Inside Height (B) Overall Width (C) Overall Height (D) Projection (E) Trim Width (F) Accessories

ARSEGS36X1X5F 36" 1 1/2" 75 1/2" 6 1/2" 1" 5" K5TF^

ARSEGS72X6X5F 72" 6 3/16" 97 15/16" 11 3/16" 1" 5" K5TF^

Part Number Inside Width (A) Inside Height (B) Projection (C) Trim Width (D) Accessories

AR72X4FET 71 3/8" 17 29/32" 1" 3 1/2" K4TF^
KP4TF^

Segment Arch Trim
4F, 5F & 6F Flat

Segment Arch Solid
5F Flat

Elliptical Trim
4F Flat

E

D CA

B

A
C

D

E F
B

^ Refer to page 47 for Keystone options.

NOTE: The 4F and 6F Segment Arches ship with angled ends, as shown by the dotted lines.

^ This part uses Keystone K5TF only.

^ This part uses Keystones K4TF and KP4TF only.

AC

B

AC

B
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Part Number Inside Width (A) Projection (B) Trim Width (C)

CIR24X4F 24 1/4" 1" 3 1/2"

CIR36X4F 36 1/16" 1" 3 1/2"

Part Number Inside Width (A) Inside Height (B) Projection (C) Trim Width (D)

OV20X28X4F 19 7/8" 28 1/2" 1" 3 1/2"

OV24X36X4F 24 1/8" 36 1/16" 1" 3 1/2"

Part Number Inside Width (A) Inside Height (B) Projection (C) Trim Width (D)

OV24X36X4M 24 1/8" 36 1/16" 1 3/4" 3 1/2"

AC CB
B

AC CB
B

D C
C

D
A

B

D C
C

D
A

B

D

C
C

C D A

B

3/4”

D

C
C

C D A

B

3/4”

Circle Trim
4F Flat

Oval Trim
4F Flat

Oval Trim
4M Decorative

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp



www.fypon.com          44

W
in

d
o

w
 &

 D
o

o
r T

rim

B

A
C

9"
4     "1/2

     "3/4 A

B

C C

Pilaster
PIL10X96A
PIL10X192A

Part Number Inside Width (A) Inside Height / Radius (B) Flanker Width (C) Overall Width (D) Accessories

AR36X10MFL108 36" 18" 36" 108" K10TM 
SWDH36X18

Part Number Thickness (A) Width (B) Height (C)

FLT40X96 1" 40" 96"

WDP48X73F 1 1/8" 48" 73"

Half-Round Arch Trim
10M Decorative

Half-Round Arch with Flankers
10M Decorative

C

BA

Window Panel
Flat Panel

Part Number Inside Width (A) Inside Height (B) Radius (C)

AR36X10MC 36" 18 3/4" 18"

AR48X10MC 48" 24 3/4" 24"

AR60X10MC 60" 30 3/4" 30"

AR64X10MC 64" 32 3/4" 32" 

AR68X10MC 68" 34 3/4" 34"

Keystone 
K10TM

Accessories

Part Number Overall Width (A) Panel Width (B) Overall Height (C) Panel Height (D) Border Width (E) Border Height (F)

WDP38X18ADJ 38" 24" 18" 12" 7" 3"

WDP43X13ADJ 43" 27 5/8" 13" 9 9/16" 7 11/16" 1 3/4"

WDP48X36ADJ 48" 34" 36" 28 1/2" 7" 3 3/4"

Thickness = 1 1/8"

Window Panel
Trimmable Raised Panel
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Part Number Overall Width (A) Panel Width (B) Overall Height (C) Panel Height (D) Border Width (E) Border Height (F)

WDP32X13 32" 23 7/8" 13" 4 7/8" 4 1/16" 4 1/16"

WDP32X21 32" 24" 21" 13" 4" 4"

WDP34X12 34 3/8" 29 3/8" 12" 7" 2 1/2" 2 1/2"

WDP36X12 36" 31" 12" 7" 2 1/2" 2 1/2"

WDP36X18 36" 28" 18" 10" 4" 4"

WDP36X24 36" 28"  23 5/8" 15 5/8" 4" 4"

WDP41X24 41 3/4" 30 1/4" 24 3/4" 13 3/4" 5 3/4" 5 1/2"

WDP44X17 44" 36" 17" 9" 4" 4"

WDP85X24 85" 81" 24" 20" 2" 2"

Thickness = 1 1/8"Window Panel
Raised Panel

Dormer Trim System

Part Number Width (A)
Overall  

Width (B)
Overall  

Height (C) Projection (D) Pitch (E)

DMP44
Pediment

43 3/4" 49 1/4" 33 1/4" 4 1/2" 14 / 12

DMST7X69
Side Trim Set

6 3/4" — 68 5/8" 1 1/2" —

DMR457-10
Return

— — — — —

B
AD

C
E

D C

A

9”

Dormer Trim System

DMP44

DMR457-10

DMST7X69

Window Crossette System

 DWH221

DWP221

DWs221

K6TM

Miter corners 
on the job site.

MLD221 
MLD221 can be used as a 

header in place of DWH221 to 
avoid a center seam.
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Door is not included in kit. 

Door is not included in kit. 

Part  
Number Kit Contents Component Dimensions

20020
Door Trim Kit

(1) WCH54X9 9" Crosshead, 54" Width x  9" Height

(1) PIL7X90 Pilaster Set, 7" Width  x  90" Height

(1) K9M Keystone Coped to fit 9" Crosshead

Part  
Number Component Dimensions

DSKCRT3068
Door Trim Kit

4" Crosshead, 50" Width x  4 5/8" Height

Pilaster Set, 5 1/4" Width  x  85" Height

Part Number Width (A)
Overall  

Width (B)
Overall  

Height (C) Projection (D)

DWH221
Header

132" — 7" 1 3/4"

DWP221
Pilaster Set

5 1/2" 7" 114" 1 3/4"

DWS221
Sill

94" 96" 5 1/2" 1 3/4"

NOTE: Ships in 4 pieces. Adjustable for door sizes 36"-40" x 80"-90"

NOTE: Ships in 3 pieces. Adjustable for door sizes 36" x 80"-85"
Must be purchased as a kit, individual components not available. 

B

C

D

A

D
C

B

A

Entrance Trim Kit

Window Crossette System

A

C
D

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Top Width (A)
Bottom  

Width (B)
 

Height (C)
Top 

Projection (D)
Bottom 

Projection (E)
Arches & 

Trim

K6* 4 9/16" 2 3/4" 6 7/16" 2 3/16" 1 5/8" —

K8* 9 3/4" 5 3/4" 7 3/4" 2 1/4" 1 1/4" —

KD8 7" 5" 7 1/2" 2 13/16" 1 11/16" —

K6M 5 3/4" 4" 7" 3 7/8" 1 1/2" 6" WCH, 6" 
WCH w/ BT

K9M 8" 6" 11" 6 1/32" 1 1/8" 9" WCH, 9" 
WCH w/ BT

K9MN 8" 6 3/16" 10" 3 7/8" 7/8" 9"  Narrow 
WCH

K10SEG 8" 6" 8 1/2" 4 19/32" 3/4" 10" WCHSEG

K12M 8 1/2" 6" 13" 5 3/4" 2 1/8" 12" WCH

KCCA10 8" 6" 11" 6" 1 1/8" 10" CCA

KCCB8 7 23/32" 6" 9 1/2" 5 29/32" 1" 8" CCB

K14M 10" 8" 15" 6" 1" 14" WCH w/ BT

KP6M 5 3/4" 4" 7" 4 1/8" 1 3/4" 6" WCH, 6" 
WCH w/ BT

KP9M 8" 6" 11" 6 1/4" 1 5/8" 9" WCH, 9" 
WCH w/ BT

K4TF 4 1/4" 3" 4 1/2" 2 1/4" 1/2" 4F Arches
FLT152

K5TF 6" 4" 10" 2 1/4" 1/4" 5F Trim

K6TF 6" 4" 7" 2 3/8" 5/8" 6F Arches
FLT159

K8TF 7" 5" 8 7/8" 2 1/2" 3/4" FLT162

K4TM 4 1/4" 3" 4 1/2" 2 1/4" 3/4" 4M Arches
MLD215

K6TM 6" 4" 7" 2 3/8" 7/8"
6M Arches 
MLD220
DWH221

K10TM 8" 5 1/2" 11 1/2" 4" 1 3/4"
10M Arch Trim

PIL10X96A
PIL10X192A

KP4TF 4 1/4" 3" 4 1/2" 2 1/4" 1/2" 4F Arches
FLT152

KP6TF 6" 4" 7" 2 3/8" 5/8" 6F Arches
FLT159

KP4TM 4 1/4" 3" 4 1/2" 2 3/4" 3/4" 4M Arch Trim
MLD215

KP6TM 6" 4" 7" 2 1/2" 7/8"
6M Arch Trim

MLD220
DWH221

KWM180M 2 3/4" 2" 3 1/8" 2 7/16" —
Brick Mould 

Louvers / Trim
MLDWM180

Keystones
for Trim Profiles

NOTE: Moulded on back side to fit decorative and flat trim profiles.
 * Keystones K6 and K8 are not moulded on back side.

Keystones continued on next page

A D

C

EB

A

C

B E

D

A D

C

B E

A

E

D

C

B

A D

C

EB

A
D

C

EB

A D

C

EB

A D

C

EB

A D

C

EB
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Part Number Top Width (A)
Bottom  

Width (B)
 

Height (C)
Top 

Projection (D)
Bottom 

Projection (E)
Arches & 

Trim

K226M 8 1/2" 6 1/2" 6" 2 3/8" 3/4" MLD226

K227M 8 1/2" 10" 6" 2 3/8" 7/8" MLD227

Keystones
for Trim Profiles continued

Part Number Width (A) Height (B) Projection (C)

LVSH12X36FNB 12" 36" 1"

LVSH12X42FNB 12" 42" 1"

LVSH16X54FNB 16" 54" 1"

LVSH16X60FNB 16" 60" 1"

LVSH16X72FNB 16" 72" 1"

LVSH18X54FNB 18" 54" 1"

LVSH18X60FNB 18" 60" 1"

LVSH18X62FNB 18" 62" 1"

LVSH18X66FNB 18" 66" 1"

LVSH18X72FNB 18" 72" 1"

LVSH24X60FNB 24" 60" 1"

LVSH24X72FNB 24" 72" 1"

C

B

A

NOTE: This is a style without a centerboard.
NOTE: Sold in pairs

Louvered Shutter
without Center Rail
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Part Number Width (A) Height (B) Projection (C)

LVSH12X36FNCR 12" 36" 1"

LVSH12X42FNCR 12" 42" 1"

LVSH12X48FNCR 12" 48" 1"

LVSH16X54FNCR 16" 54" 1"

LVSH16X60FNCR 16" 60" 1"

LVSH16X72FNCR 16" 72" 1"

LVSH18X60FNCR 18" 60" 1"

LVSH18X66FNCR 18" 66" 1"

LVSH18X72FNCR 18" 72" 1"

LVSH18X76FNCR 18" 76" 1"

LVSH24X60FNCR 24" 60" 1"

LVSH24X72FNCR 24" 72" 1"

C

B

A

NOTE: Sold in pairs

Louvered Shutter
with Center Rail

Part Number Width (A) Height (B) Projection (C)

SH12X48TP 12" 48" 1 1/4"

SH12X60TP 12" 60" 1 1/4"

SH18X36TP 18" 36" 1 1/4"

SH18X42TP 18" 42" 1 1/4"

SH18X48TP 18" 48" 1 1/4"

SH18X54TP 18" 54" 1 1/4"

SH18X60TP 18" 60" 1 1/4"

SH18X72TP 18" 72" 1 1/4"

C

B

A

NOTE: Sold in pairs

Raised Panel Shutter
Triple Panel

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Height (B) Projection (C)

SH16X48DP 16" 48" 1 1/4"

SH16X54DP 16" 54" 1 1/4"

SH16X60DP 16" 60" 1 1/4"

SH16X65DP 16" 65" 1 1/4"

SH16X72DP 16" 72" 1 1/4"

SH18X53DP 18" 53" 1 1/4"

SH18X59DP 18" 59" 1 1/4"

SH18X66DP 18" 66" 1 1/4"

SH18X72DP 18" 72" 1 1/4"

Part Number Width Shutter

SHAC19174 16" All 16" Louvered Shutters

12" 1"2"
16"

R16

18 ½"

R14

SHAC19153 16" All 16" Raised Panel Shutters

1 ¼"

1 ½"1 ½"

16"

R16"
R14 ½"

R13"

½"
1⁄8"

16"

SHAC19165 12" All 12" Raised Panel Shutters

½"
1⁄8"

12"
1 ¼"

1 ½"
1 ½"

9"1 ½"

12"

SHAC19167 16" All 16" Raised Panel Shutters

SHAC19169 18" All 18" Raised Panel Shutters

C

B

A

NOTE: Sold in pairs

NOTE: Sold in pairs

Raised Panel Shutter
Double Panel

Shutter Accessories

For options not shown above, please call Custom Product Sales at 855.397.6647 
or fill out our Quote Request Form at www.fypon.com/products/custom.asp
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Part Number Width (A) Height (B) Projection (C)

SH3PC14X39S 14" 39" 1 1/2"

SH3PC14X47S 14" 47" 1 1/2"

SH3PC14X55S 14" 55" 1 1/2"

SH3PC14X59S 14" 59" 1 1/2"

SH3PC14X63S 14" 63" 1 1/2"

SH3PC16X36S 16" 36" 1 1/2"

SH3PC16X42S 16" 42" 1 1/2"

SH3PC16X48S 16" 48" 1 1/2"

SH3PC16X54S 16" 54" 1 1/2"

SH3PC16X60S 16" 60" 1 1/2"

SH3PC16X72S 16" 72" 1 1/2"

SH3PC18X42S 18" 42" 1 1/2"

SH3PC18X48S 18" 48" 1 1/2"

SH3PC18X60S 18" 60" 1 1/2"

SH3PC18X66S 18" 66" 1 1/2"

SH3PC18X72S 18" 72" 1 1/2"

SH3PC18X84S 18" 84" 1 1/2"

SH3PC24X48S 24" 48" 1 1/2"

SH3PC24X60S 24" 60" 1 1/2"

SH3PC24X66S 24" 66" 1 1/2"

SH3PC24X72S 24" 72" 1 1/2"

SH3P3BC14X71S^ 14" 71" 1 1/2"

SH3P3BC14X75S^ 14" 75" 1 1/2"

B

A
C

NOTE: Sold in pairs
^ These items have 3 boards and 3 battens.

Timber Board Shutter
Stainable

Timber Elliptical Top Shutter
Stainable

NOTE: Sold in pairs

B

A A

C

3/4" Part Number Width (A) Height (B) Projection (C) No. of Boards

SH4PHLR24X60S 24" 60" 1 1/2" 4

SH4PHLR24X64S 24" 64" 1 1/2" 4
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Part Number Width (A) Height (B) Projection (C) No. of Boards

SH2PHLR12X48S 12" 48" 1 1/2" 2

SH3PHLR18X66S 18" 66" 1 1/2" 3

SH3PHLR24X70S 24" 70" 1 1/2" 3

SH3PHLR24X86S 24" 86" 1 1/2" 3

SH4PHLR24X82S 24" 82" 1 1/2" 4

Part Number Width (A) Height (B) Projection (C)

SH3PB15X46S 15" 46" 1"

SH3PB18X40S 18" 40" 1"

SH3PB18X66S 18" 66" 1"

SH3PB24X54S 24" 54" 1"

Part Number Width (A) Height (B) Projection (C)

LVSH12X36FNCR3S 12" 36" 1"

LVSH12X48FNCR3S 12" 48" 1"

LVSH16X48FNCR3S 16" 48" 1"

LVSH16X60FNCR3S 16" 60" 1"

LVSH18X48FNCR4S 18" 48" 1"

LVSH18X60FNCR4S 18" 60" 1"

B

AC

B

A C

B

A
C

NOTE: Sold in pairs

NOTE: Sold in pairs

NOTE: Sold in pairs

Timber Arch Top Shutter
Stainable

Timber Panel Shutter
Stainable with Border

Timber Louvered Shutter
Stainable with Center Rail
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NOTE: Sold in pairs

Part Number Width (A) Height (B) Projection (C) No. of Boards

SH2PO12X36S 12" 36" 1 1/2" 2

SH2PO12X42S 12" 42" 1 1/2" 2

SH2PO12X48S 12" 48" 1 1/2" 2

SH2PO12X54S 12" 54" 1 1/2" 2

SH3PO16X36S 16" 36" 1 1/2" 3

SH3PO16X42S 16" 42" 1 1/2" 3

SH3PO16X48S 16" 48" 1 1/2" 3

SH3PO16X54S 16" 54" 1 1/2" 3

SH3PO16X60S 16" 60" 1 1/2" 3

SH3PO16X72S 16" 72" 1 1/2" 3

SH3PO18X36S 18" 36" 1 1/2" 3

SH3PO18X48S 18" 48" 1 1/2" 3

SH3PO18X54S 18" 54" 1 1/2" 3

SH3PO18X60S 18" 60" 1 1/2" 3

SH3PO18X62S 18" 62" 1 1/2" 3

SH3PO18X66S 18" 66" 1 1/2" 3

SH3PO18X72S 18" 72" 1 1/2" 3

SH3PO20X42S 20" 42" 1 1/2" 3

SH3PO20X48S 20" 48" 1 1/2" 3

SH3PO20X54S 20" 54" 1 1/2" 3

SH3PO20X66S 20" 66" 1 1/2" 3

B

A
C

B

A
C

Timber Plank Shutter
Stainable
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Part Number Width (A) Height (B) Projection (C)

SH2PD18X40S 18" 40" 1 1/2"

SH2PD18X48S 18" 48" 1 1/2"

SH2PD18X60S 18" 60" 1 1/2"

SH2PD18X66S 18" 66" 1 1/2"

SH2PD24X48S 24" 48" 1 1/2"

SH2PD24X54S 24" 54" 1 1/2"

Part Number Width (A) Length (B) Projection (C)

LVSSNN32X144S 32" 144" 21/32" B

C

A

Part Number Width (A) Length (B) Projection (C)

SH3PCPL14X88S
3-Board Panel

14" 88"  3/4"

C

B

A

SH4P24X144X2S
4-Board Panel

24" 144" 2"

C

B

A

SH5P30X144S
5-Board Panel

29 3/4" 144" 3/4"
B

C A

B

AC

NOTE: Sold in pairs

NOTE: Timber louvered panels sold in individual sheets

NOTE: Timber board panels sold in individual sheets

Timber Plank Shutter
Stainable with Diamond

Timber Board Panels
Stainable for Shutter Fabrication

Timber Louvered Panels
Stainable for Shutter Fabrication
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Part Number Length (A) Height (B) Projection (C)

PS192X5S 192" 5" 2 1/2"

Part Number Projection (A) Length (B) Thickness (C) Height (D)

MLD388-12S 6" 12' 1" 6"

MLD398-12S 8" 12' 1" 10"

MLD399-12S 8" 12' 1" 14"

MLD397-12S 10" 12' 1" 16"

C

B

A

B

D

A

C

Timber Sill Moulding
Stainable with Taper and Drop Edge

Timber Buried Header
Stainable
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Part Number Height (A) Width (B) Projection (C)

SL3X4X24ST 4 1/16" 24 3/8" 2  11/16"

SL4X4X24ST 4 1/16" 24 3/8" 4 1/16"

Part Number Height (A) Width (B) Projection (C)

SL4X4X24ST-5 4 1/16" 24 3/8” 4 1/16”

Part Number Overall Width (A) Overall Height (B) Projection (C)

PS48X8ST 47 1/2" 7 9/16" 5 7/16"

A

B C

B

A C

A

½"

B
C

Stone Flat Block Sill

Stone Flat Block Sill
5 Degree Slope

Stone 8" Pot Shelf
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Part Number Overall Width (A) Overall Height (B) Projection (C)

PS52X13ST 52 1/8" 13 7/16" 10 5/16"

PS54X13ST 53 27/32" 12 11/16" 9 1/8"

PS84X13ST 84 3/16" 13 7/16" 10 5/16"

B

A C

Part Number Overall Width (A) Overall Height (B) Projection (C)

PS28X13ST 27 23/32" 13 7/16" 10 5/16"

B

A C

Stone 13" Pot Shelf

Stone 13" Pot Shelf Section
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Part Number Radius (A)
Inside 

Width (B)
Overall

 Height (C)
Trim

 Width (D) Projection (E) Accessories

AR23X7ST 20 21/32" 22 3/8" 10 1/4" 6 31/32" 2 7/16" FLBST3X7X24
FLBST3X7X96

AR25X10X3ST 24 3/8" 24 5/8" 13 1/8" 9 13/16" 2 5/8" FLBST3X10X24
FLBST3X10X96

AR25X10ST 24 3/8" 24 5/8" 13 1/8" 9 13/16" 4 1/16" FLBST4X10X24
FLBST4X10X96

AR24X9ST 32 15/32" 23 11/16" 9 3/16" 6 31/32" 3 7/8" FLBST4X7X24
FLBST4X7X96

AR24X11ST 34 17/32" 24 1/8" 11 1/8" 8 31/32" 2 5/8" FLBST3X9X96

ARTD28X9X3ST 49 1/8" 27 3/4" 11 1/4" 9 1/4" 2 5/8" —

AR72X23ST 57 17/32" 72 3/8" 22 3/4" 9 15/16" 3 7/8" FLBST4X10X24
FLBST4X10X96

AR24.625X7ST 64 1/16" 24 5/8" 8 1/16" 6 7/8" 2 11/16" FLBST3X7X24
FLBST3X7X96

AR24X4ST 113 23/32" 23 3/4" 4 19/32" 3 31/32" 2 7/16" SL3X4X24ST

E B

D
A

C

B

D

A

C

E

B

DC

E

A

A
B

DC

E

A
B

DC

E

BE

DC

A

B

D

E

C A

E

D

B

A

E

C

B

D

A

Stone Arched Blocks

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Width (B) Length (C) Length (D) Accessories

FLBST3X7X24 2 5/8" 6 31/32" — 24” AR23X7ST
AR24.625X7ST

FLBST3X7X96 2 5/8" 6 31/32" 96" — AR23X7ST
AR24.625X7ST

FLBST3X9X96 2 5/8" 8 31/32" 96" — AR24X11ST

FLBST3X10X24 2 5/8" 9 15/16" — 24” AR25X10X3ST

FLBST3X10X96 2 5/8" 9 15/16" 96" — AR25X10X3ST

FLBST4X7X24 3 7/8" 6 31/32" — 24” AR24X9ST

FLBST4X7X96 3 7/8" 6 31/32" 96" — AR24X9ST

FLBST4X9X24 3 7/8" 8 31/32" — 24” —

FLBST4X9X96 3 7/8" 8 31/32" 96" — —

FLBST4X10X24 3 7/8" 9 15/16" — 24” AR25X10ST
AR72X23ST

FLBST4X10X96 3 7/8" 9 15/16" 96" — AR25X10ST
AR72X23ST

24" Section

96" Section

96" Section

24" Section

Part Number Projection (A) Width (B) Length (C) Length (D)

TD4X7X96ST 3 7/16" 6 31/32" 96" —

TD4X9X24ST 3 7/8" 8 31/32" — 24”

TD4X9X96ST 3 7/8" 8 31/32" 96" —

D

CA

B

A
C

D

B

Stone Decorative Blocks

Stone Flat Blocks
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Part Number Width (A) Height (B) Projection (C)

K10ST
Keystone

9 15/16" 9 15/16" 5 15/32"

ARCHPLST36X21X4
Left Plinth 20 5/8" 35 13/16" 3 7/8"

ARCHPRST36X21X4
Right Plinth 20 5/8" 35 13/16" 3 7/8"

A

B

C

CA

B

9 ¾"

20 ¾"

A

B

C

9 ¾"

20 ¾"

Stone Surround Accessories
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Crown Mouldings............. 64 

Crown Mouldings  
Dentil................................ 69

Crown Mouldings  
Decorative........................ 71

Cornice Mouldings........... 73

Smooth Flat Trim.............. 76

Trim Brick Mould.............. 77

Trim & Casing................... 78

Mouldings ........................ 78

Mouldings Dentil .............. 87

Mouldings Decorative...... 90

Moulding Accessories...... 91

Miterless Accessories...... 92

Timber Flat Trim ............... 92

Timber Brick Mould  
Stainable .......................... 93

Break the Mould
Mouldings

Take the ordinary and make it magnificent with more than 100 architectural styles – from massive cornice 
mouldings and dentil profiles to delicate Florentine trim and chair rails. Whether you want a simple, elegant 
design or something more elaborate, Fypon's variety of styles, sizes and combinations allows you to create a 
look like no other. For installation instructions, please visit www.fypon.com. 

Products shown: MLD600, CM13EA
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How to Order
Mouldings
First choose the product that best fits your application. The large variety of sizes and 
styles can be applied to any home. Mouldings can be used individually or combined to 
create a new and distinctive look.

Custom Products 
To request a unique custom product design, please contact the Fypon Custom 
Product Sales Department at 855.397.6647. You may also fill out our Quote Request 
Form, which can be obtained at www.fypon.com/products/custom.asp, or contact 
the Fypon Customer Service Department at 800.446.3040.

Outside Corner

Divider Block

Inside Corner

Rosette

Moulding Accessories
The accessories shown here are available to help make moulding installations 
quick and easy. Inside and outside corners eliminate the hassle of figuring complex 
miter cuts. Divider blocks and rosettes can be used between moulding lengths to 
eliminate the need for patching to create smooth seams. All moulding accessories 
are unattached and must be ordered separately. Refer to page 92 for miterless 
moulding accessories.

The products in this section of the catalog are organized by 
architectural style. You can find a variety of products to match the 
aesthetics of almost any application conveniently grouped together. 
Where applicable, groups of mouldings are further sorted by height, 
from smallest to largest. 

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*

Table & Blade Angles
For recommended table and blade 
angles for mitering 90° corners, please 
visit www.fypon.com.

How to Use This Section

EXTERIOR

Divider Block

Plinth Block

Flat Trim

Keystone

Dentil Moulding

Crosshead

INTERIOR

Dentil Moulding

Chair Rail

Rosette

Window & 
Door Casing

Chair Rail

* Loctite® PL Premium® is owned by Henkel Corporation. 63
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Crown Mouldings
Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D)

MLD593-16 2 1/2" 2 1/2" 16' 1/4"

C

B

D

A

MLD451-16 3 1/8" 3" 16' 1/2"
C

B

A

MLD452-8 2" 3" 8' 1/4"
B

D

A

CMLD452-12 2" 3" 12' 1/4"

MLD462-16 2 3/4" 3 1/4" 16' 5/16"

C

B

A

D

MLD552-12
Classic Crown
Fascia 

2 1/8" 3 1/2" 12' 3/8"

C

B

A

D

MLD592-16 3 3/4" 3 7/8" 16' 1/4"

C

B

A

D

MLD454-12 3 19/32" 4 1/32" 12' 7/32" B

A

D
C

MLD572-16 3 1/4" 4 3/16" 16' 5/8" B

A

C D

MLD456-12 2 3/4" 4 3/8" 12' 5/16"
B

A

C DMLD456-16 2 3/4" 4 3/8" 16' 5/16"
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MLD471-12 7 1/8" 4 5/8" 12' 5/8"
B

A

D
C

MLD467-16 2 3/4" 4 3/4" 16' 3/4"
B

A

D
C

MLD584-16 4 3/4" 4 3/4" 16' 3/4"
B

A

D
C

MLD460-12 4 3/8" 5 1/8" 12' 3/4"
B

A

DC

MLD606-12 5 1/4" 5 1/4" 12' 5/16"
B

A

DC

MLD587-16 2 3/8" 5 3/4" 16' 11/32"
B

A

D
C

MLD470-12 10" 6" 12' 1 15/16" B

A

DC

MLD590-16 6" 6 1/4" 16' 1"

C

B

A

D

MLD589-16 4 3/8" 6 1/2" 16' 1 1/8"

C

B

A

D

Crown Mouldings
Continued

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D)

MLD453-16 4 11/16" 6 11/16" 16' 7/16"

A

B

D
C

MLD570-12
E-Vent Match
EV570 

5 1/2" 6 7/8" 12' 3/4"
C

B

A

D

MLD569-12 5 13/16" 7 17/32" 12' 1 3/32"

C

B

A

D

MLD253-16 2 3/8" 7 5/8" 16' 3/8"

C

B

A

D

MLD457-12 6 7/8" 7 5/8" 12' 3/4"
C

B

A

D

MLD582-12 7 7/8" 7 7/8" 12' 2 3/8"

C

B

A

D

MLD583-16 8" 8" 16' 1/2"
C

B

A

D

MLD449-16 7 1/4" 8 1/2" 16' 5/32"

A

B

DC

MLD480-12
Ships in 2 pieces 

7 7/8" 8 7/8" 12' 3/8"

D

B

A

C

Crown Mouldings
Continued

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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MLD635-12 6" 9" 12' 5/8"

C

B

A

D

MLD591-16 10 1/4" 9 7/16" 16' 1"

C

B

A

D

MLD535-16 9" 9 1/2" 16' 1/2"

C

B

A

D

MLD450-16 11 7/16" 9 5/8" 16' 1 9/16"
C

B

A

D

MLD581-12 5" 9 15/16" 12' 1"

C

B

A

D

MLD555-12 5 3/16" 10 11/16" 12' 7/8"

C

B

A

D

MLD371-16 6 1/2" 11" 16' 1"
C

B

A

D

MLD588-16 9 1/4" 11" 16' 1 3/4"

C

B

A

D

MLD364-12 8 11/16" 11 5/16" 12' 1"
C

B

A

D

Crown Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D)

MLD642-12 12" 11 3/4" 12' 1 3/8"
C

B

A

D

MLD539-16 4 1/2" 12" 16' 2"

C

B

A

D

MLD524-16 8" 12 1/8" 16' 1"

A

C

B

D

MLD580-12 
E-Vent Match
EV580

7 1/8" 12 3/8" 12' 1"

DC

A

B

MLD372-14 8 1/4" 13 7/8" 14'  3/4"
C

B

A

D

MLD734-12 14 3/8" 14 3/8" 12' 1 9/32"

C

B

A

D

MLD556-16 10" 15" 16' 2 1/2"
D

B

A

C

MLD536-12 8 1/8" 15 1/2" 12' 1" B

DC

A

MLD528-12 9 7/16" 15 11/16" 12' 1 1/2"

C

A

B

D

Crown Mouldings
Continued
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Crown Mouldings
Dentil

Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D)

MLD586-16 7" 16 1/2" 16' 1"

A

B

D
C

MLD585-12 10 1/2" 17" 12' 7/8"
C

B

A

D

MLD481-12 14 13/16" 17 3/8" 12' 1 11/16"

C

A

B

D

Part Number Projection (A) Height (B) Length (C)

Bottom 
Thickness 

(D)
Design 
Repeat

Tooth & 
Space

MLD400-8 2 15/16" 2 11/16" 8' 1/8" 1"

5/8" 
Tooth

3/8" 
Space 

A

B

C D

MLD404-8 2 1/2" 3 7/8" 8' 1/4" 1 1/2" 3/4" 
Tooth

3/4" 
Space

B

A

C D

MLD404-12 2 1/2" 3 7/8" 12' 1/4" 1 1/2"

MLD404-16 2 1/2" 3 7/8" 16' 1/4" 1 1/2"

MLD406-16 3 3/8" 4" 16' 3/8" 2"

1 1/4" 
Tooth

3/4" 
Space C

B

A

D

Crown Mouldings
Continued
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Crown Mouldings
Dentil continued

Part Number Projection (A) Height (B) Length (C)

Bottom 
Thickness 

(D)
Design 
Repeat

Tooth & 
Space

MLD432-12
Divider Block 
Accessory
MDB432

3 15/16" 4 9/16" 12' 3" 3/16" 1"

1/2" 
Tooth

1/2" 
Space C

A

B

D

MLD365-16 4 15/16" 5" 16' 3/8" 4 5/8"

2 1/4" 
Tooth

2 3/8" 
Space C

B

A

D

MLD410-8 3 1/4" 6 7/8" 8' 7/16" 3" 1 1/2"
Tooth

1 1/2" 
Space C

B

A

DMLD410-12 3 1/4" 6 7/8" 12' 7/16" 3"

MLD411-16 4 1/2" 7" 16' 1/2" 3"

1 1/2"
Tooth

1 1/2" 
Space D

A

C

B

MLD440-12 6 1/2" 7 1/4" 12' 3/8" 6 5/8"

4"
Tooth

2 5/8" 
Space 

B

D

A

C

MLD430-12 5 3/4" 8" 12' 2 1/4" 3/8" 2 5/8"

1 3/4"
Tooth

7/8" 
Space C

A

D

B

MLD362-16 5 5/32" 8 3/8" 16' 1 1/4" 4 1/2"

2 1/2"
Tooth

2" 
Space 

C

A

B

D

MLD435-16 9" 10" 16' 3/4" 7 3/8"

3 7/8"
Tooth

3 1/2" 
Space

A

B

C

D

MLD413-12 8 1/2" 11 1/8" 12' 1 15/32" 5 5/8"

3"
Tooth

2 5/8" 
Space D

A

C

B
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Crown Mouldings
Dentil continued

Part Number Projection (A) Height (B) Length (C)

Bottom 
Thickness 

(D)
Design 
Repeat

Tooth & 
Space

MLD421-12 10" 14 1/2" 12'  3/4" 6"

2" 
Tooth

4"  
Space C

B

A

D

MLD461-8 9 13/16" 19" 8' 1" 2 1/2"

1 1/2"
Tooth

1"  
Space

B

A

DC

Crown Mouldings
Decorative

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD565-16 
Egg & Dart

2 1/8" 3 1/2" 16' 3/16" 1"

A

B

DC

 

MLD423-12 2 13/16" 5" 12'  7/16" 6 1/4" B

C

A

D

MLD490-12 
Florentine

6" 5 7/16" 11' 5" 1/4" —
D

A

C

B

MLD491-12
Acanthus Leaf

6 1/4" 5 7/16" 12' 1/4" 4"
D

A

C

B

MLD608-12 4 3/4" 5 7/16" 12' 5/16" —

A

B

DC
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Crown Mouldings
Decorative continued

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD651-16
Deco 

2 7/8" 5 1/2" 16' 3/16" 5 15/32"

A

D

B

C

MLD405-12 3 5/8" 5 3/4" 12' 6"  5/8" 12 1/2"

5/8" Tooth, 5/8" Space

MLD564-16
Egg & Dart 

2 5/8" 5 7/8" 16' 1/4" 2 13/16" B

A

C
D

MLD493-12 
Crown Leaf 

Divider Block 
Accessory
MDB493

5 17/32" 6 21/32" 12'  3/8" 4"

A

D

B

C

MLD436-16 5 1/2" 6 3/4" 16'  1/2" 9/32"

5/32" Tooth, 1/8" Space

MLD732-12 4 3/4" 7 1/4" 12'  5/8" 5 3/8" B

A

C
D

MLD560-8
Egg & Dart 

5 25/32" 9 5/32" 8' 1 3/8" 5 7/16"

A

B

DC

 

MLD425-12 4 1/8" 9 1/2" 11' 5"  3/4" 13 1/2"

5/8" Tooth, 13/16" Space

C

A

D

B

A

C

B

D

C
B

A

D
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Crown Mouldings
Decorative continued

Cornice Mouldings

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD495-16  5 3/8" 10 1/16" 16'  5/8"  7 3/4"

C

A

B

D

MLD412-16 5 3/8" 10 21/32" 16'  7/16" 4"

3" Tooth, 1" Space
C

A

B

D

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD513-16 4 1/8" 4 3/8" 16' 3/4" —

A

B

D
C

MLD523-16 2" 5 1/4 " 16' 1/2 " —

D

B

C

A

MLD509-16 3 1/4" 5 3/8" 16' 1 3/4" —
B

D

A

C

MLD510-12 4 3/8" 5 1/2" 12' 5/8" — B

A

C
D

MLD511-12 5 3/4" 6 9/16" 12' 3/4" — B

A

C
D
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD548-16 3 1/8 " 7 1/2" 16' 1 1/8" — B

A

C D

MLD527-16 3 1/2" 7 5/8" 16' 1" —
B

A

C
D

MLD508-12 3 5/8" 8 3/8" 12' 1 5/32" —

A

D

B

C

MLD547-16 5 3/8" 8 5/8" 16' 1 1/2" — B

A

D
C

MLD545-12 10" 9 1/16" 12' 2 7/8" — B

C

A

D

MLD246-16 3 3/8" 9 1/8" 16' 1" — B

A

C D

MLD336-16 3 1/8" 9 3/8" 16' 1" 11/16" 5"

2 1/2" Tooth, 2 1/2" Space

MLD521-8
Sign Fascia

5" 13 1/8" 8' 15/16" — B

A

DC

Cornice Mouldings
Continued

B

A

C D
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD419-12  6 3/4" 14 1/2" 12' 1 3/8" 3"

1 1/2" Tooth, 1 1/2" Space

MLD506-16 3" 16 3/8" 16' 7/8" —

A

D

B

C

MLD533-12 5 1/2" 17" 12' 2 1/2" —
D

B

C

A

MLD543-12 8 1/4" 19" 12' 1/2" —

A

D

B

C

MLD534-12 8 7/8" 19 1/8" 12' 9/16" —

A

D

B

C

Cornice Mouldings
Continued

D

B

C

A
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Part Number Thickness (A) Width (B) Length (C) Accessories

FLT177-8 1/2" 1" 8' —

FLT131-16 1/2" 3" 16' —

FLT178-8 1/2" 14" 8' —

FLT100-12 5/8" 4 3/4" 12' —

FLT181-8 5/8" 24" 8' —

FLT101-12 3/4" 1 1/2" 12' —

FLT102-8 3/4" 2 1/8" 8' —

FLT102-10 3/4" 2 1/8" 10' —

FLT103-12 3/4" 3" 12' PB3X3, PB4X4

FLT122-16 3/4" 3 1/2" 16' —

FLT110-16 3/4" 5 1/2" 16' —

FLT109-12 3/4" 6" 12' —

FLT186-16 3/4" 7 1/4" 16' —

FLT113-8 3/4" 8" 8' —

FLT118-8 3/4" 10" 8' —

FLT152-8 1" 3 1/2" 8' 4F Arches

FLT152-12 1" 3 1/2" 12' 4F Arches

FLT152-16 1" 3 1/2" 16' 4F Arches

FLT153-12 1" 4" 12' —

FLT159-8 1" 5 1/2" 8' 6F Arches, PB6X6

FLT159-12 1" 5 1/2" 12' 6F Arches, PB6X6

FLT159-16 1" 5 1/2" 16' 6F Arches, PB6X6

FLT162-6 1" 7 1/2" 6' PB7X7, K8TF

FLT162-8 1" 7 1/2" 8' PB7X7, K8TF

FLT162-14 1" 7 1/2" 14' PB7X7, K8TF

FLT170-12 1" 9 1/2" 12' —

FLT170-16 1" 9 1/2" 16' —

C

B

A

Smooth Flat Trim

M
o

u
ld

in
g

s

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Thickness (A) Width (B) Length (C) Accessories

FLT172-16 1" 11 1/2" 16' —

FLT175-12 1" 12" 12' —

FLT179-12 1" 16" 12' —

FLT180-12 1" 24" 12' —

FLT119-17 1" 32 1/4" 16' 11" —

FLT125-8 1" 36" 8' —

FLT40X96 1" 40" 8' —

FLT184-16 1 1/2" 1 1/2" 16' —

FLT194-10 1 1/2" 3 1/2" 10' —

FLT183-12 1 1/2" 5 1/2" 12' —

FLT163-16 1 1/2"  7 1/2" 16' —

FLT182-12 1 1/2" 12 1/4" 12' —

FLT185-12 1 1/2" 16 1/2" 12' —

FLT190-12 2" 4" 12' —

Smooth Flat Trim
Continued

Trim
Brick Mould

CD

B

A

Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D) Accessories

MLDWM180-8 1 1/4" 2" 8' 1 1/16"

MLDWM180-16 1 1/4" 2" 16' 1 1/16"

MLDWM181-16 13/16" 2" 16' 5/8"

MLDWM183-16 1 1/2" 2 1/8" 16' 1 5/16"

MLDWM182-12 1 1/4" 3" 12' 1 1/16"

Keystone  
KWM180M Page 47

M
o

u
ld

in
g

s



www.fypon.com          78

M
o

u
ld

in
g

s

Trim & Casing

Mouldings

Part Number Projection (A) Height (B) Length (C)
Bottom 

 Thickness (D)

MLD637-16
Flat Astragal 

9/16" 1 1/2" 16' 3/4"

A

B

C

D

MLD710-10
Sill 

3 1/2" 1 1/2"
Tapers to 1"

10' —
B

C

A

MLD239-16 
3/4" 3" 16' 3/4" B

A

D
C

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD715-16
Beaded 

1" 4" 16' — —

C

B

A

D

MLD706-16
Base Trim 

5/8" 5 1/4" 16' — PB6X6
B

A

D

C

MLD224-12 1 1/2" 5 1/2" 12' 3/8" —
B

A

D

C

MLD226-8 1 1/2" 5 1/2" 8' 3/4"

K226M
PB220

B

A

D
C

MLD226-10 1 1/2" 5 1/2" 10' 3/4"

MLD226-12 1 1/2" 5 1/2" 12' 3/4"

MLD226-16 1 1/2" 5 1/2" 16' 3/4"

NOTE: Line art is representative of actual part.
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Mouldings
Continued

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD705-16
Cove 

 3/4" 7 1/2" 16' — —
B

AC

MLD735-16
Beaded 

1" 7 1/2" 16' — —
B

A

C

MLD232-16 1 9/16" 7 7/8" 16' 1 1/16" —
B

A

D
C

MLD225-12 1 1/2" 8 1/2" 12' 3/8" — B

A

DC

MLD247-16 1 3/8" 8 11/16" 16' 3/4" —

A

D

B

C

 

MLD708-12 
Bevel

1 1/2" 12" 12' — —
B

A
C

MLD531-8 
Matches MLD530-8

1 1/2" 12" 8' — —
B

AC

MLD530-8 
Matches MLD531-8

1 1/2" 12 5/8" 8' — —

A
C

B
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD223-16 2 1/2" 14 1/2" 16' 7/16" —

A

D

B

C

MLD522-16
Sign Fascia 1 5/8" 14 3/4" 16' 1 5/8" — B

A / D

C  

MLD621-16 9/16" 2" 16' 1/8" —
B

A

D
C

MLD230-16 13/16" 3 1/4" 16' 1/2" —

A

B

DC

MLD235-16 7/8" 3 1/4" 16' 7/8" —
B

A

D
C

MLD220-12
6M Profile 1 3/4" 5 1/2" 12' 3/4"

PB220
K6TM

KP6TM
B

A

DC

MLD220-16
6M Profile 1 3/4" 5 1/2" 16' 3/4"

MLD228-16 2" 6 3/8" 16' 1" —
B

D

C

A

MLD221-8 1 3/4" 7" 8' 3/4"

— B

A

DC
MLD221-16 1 3/4" 7" 16' 3/4"

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD541-16 1 1/4" 8 1/8" 16' — —

A

B

C

MLD538-16 1 5/8" 8 3/4" 16' — — B

A

C

MLD245-12 1 15/16" 8 13/16" 12' — —
B

A

C

MLD227-16 1 1/2" 9" 16' 3/4" —
B

A

DC

MLD205-8 7/8" 3" 8' —
PB3X3
PB4X4

B

A

C
MLD205-12 7/8" 3" 12' —

MLD211-16 3/4" 5 1/8" 16' —
PB5X5

PB5X5A
PB6X6

B

A

C

MLD207-16
Fluted 

1" 5 1/4" 16' 1" PB6X6 B

A / D

C

MLD208-16
Fluted 

1" 7 1/4" 16' 1" PB7X7
B

A / D

C

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD209-14 
Fluted

1 1/2" 24" 14' — — B

A

C

MLD603-8 1/2" 1/2" 8' 1/2" —
B

A

C

MLD628-8
Cove 

3/4" 3/4" 8' 1/4" —
B

A

D

C

MLD633-8 
Ogee

3/4" 3/4" 8' 3/16" — B

A

D
C

MLD602-8
Ogee
Crosshead Trim Strip 

13/16" 13/16" 8' 5/16" — B

A

D

C

MLD730-8 7/8" 1" 8' 5/16" — B

A

D
C

MLD626-8
Bed Moulding

1 1/32" 1 3/16" 8' 5/32" —

A

B

DC

MLD601-12
Ogee 

1 5/16" 1 1/2" 12' 3/8" — B

A

D

C

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD612-12
Chair Rail 

3/4" 1 3/8" 12' 1/8" — B

A

D
C

MLD455-12
Bed Moulding

1 1/4" 1 13/32" 12' 5/16" —
B

A

D
C

MLD618-16
Base Cap

15/16" 1 1/2" 16' 15/16" —
A ⁄ D

B

C

MLD648-16
Bed Moulding 

1 1/2" 1 9/16" 16' 3/8" —

A

C
D

B

MLD231-12
Window & Door 
Casing 

1" 1 3/4" 12' 1/4" —

A

C
D

B

MLD634-16
Ogee

1 3/8" 1 7/8" 16' 3/32" —

A

C
D

B

MLD649-16
Bed Moulding 

1 9/16" 2 1/16" 16' 11/32" —

A

D

B

C

MLD627-12
Chair Rail 1 5/8" 2 1/8" 12' 9/16" — A

C D

B

MLD627-16
Chair Rail 1 5/8" 2 1/8" 16' 9/16" —

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD607-8
Corner Strip 

2 1/4" 2 1/4" 8' 3/4" —

A

C
D

B

MLD611-12
Chair Rail
 

1 1/8" 2 1/4" 12' 3/8" — B

A

D
C

MLD629-10
Bed Moulding 

2 1/4" 2 1/4" 10' 3/8" —
B

A

D
C

MLD610-8
Chair Rail 

1 1/2" 2 3/8" 8' 1/2" —
B

A

D
C

MLD660-10
Cove 

2 3/8" 2 3/8" 10' — — A

C

B

MLD613-12
Bed Moulding 

2 3/8" 2 3/4" 12' 1" —
B

A

D
C

MLD214-12
Window & Door 
Casing 

2" 2 7/8" 12' 3/4" —
C

B

A

D

MLD631-16
Chair Rail 

7/8" 3" 16' 7/16" — B

C

A

D

Mouldings
Continued



www.fypon.com          85

M
o

u
ld

in
g

s

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD215-12
4M Profile 

1 3/4" 3 1/2" 12' 3/4"
PB215
K4TM
KP4TM

C

A

B

D

MLD234-16
Window & Door 
Casing 

1" 3 1/2" 16' 11/32" — B

A

D
C

MLD237-16 1 1/8" 3 1/2" 16' 13/32" — B

A

D
C

MLD605-12
Half Round 

1 3/4" 3 1/2" 12' — —
B

A

C

MLD240-8 3 1/4" 4" 8' 11/16" DTLB6X4X6
DTLB9X11X16

A

B

C D

MLD622-4
Chair Rail 

2 13/16" 4" 4' 1 7/32" —

A

B

DC

MLD625-16
Chair Rail 

3" 4" 16' 1 1/2" — B

A

D
C

 

MLD641-16 3 3/4" 4 3/8" 16' 1/2" —
B

A

D

C

NOTE: Line art is representative of actual part.

NOTE: Line art is representative of actual part.

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD250-8 1 3/4" 4 1/2" 8' 1"

DTLB6X4X6
DTLB9X11X16

B

A

D
C

MLD250-10 1 3/4" 4 1/2" 10' 1"

MLD250-12 1 3/4" 4 1/2" 12' 1"

MLD236-16 2" 5 1/2" 16' 1 1/4" PB220 B

A

D
C

MLD614-16
Chair Rail 

1 5/8" 5 1/2" 16' 3/4" — B

A

D
C

MLD639-16
Fascia - Surround 

1 7/8" 6 1/4" 16' — —
B

C

A

MLD311-16 5 3/8" 7 3/4" 16' 2 3/8" —

A

B

DC

MLD520-16 6 7/16" 8 1/16" 16' 1 7/8" —

C

A

B

D

MLD644-16 3" 9 3/4" 16' 1" — B

A

D
C

MLD512-16 8 1/2" 12 1/8" 16' 2 1/16" —

A

DC

B

NOTE: Line art is representative of actual part.

Mouldings
Continued
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Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D) Accessories

MLD505-8
Massive Fascia 

3 3/8" 13" 8' 15/16" — B

A

DC

MLD472-12 11 1/4" 15 1/2" 12' 1 1/16" —

A

B

DC

Mouldings
Dentil

NOTE: Line art is representative of actual part.

Part Number
Projection 

(A)
Height  

(B)
Length  

(C)
Bottom 

Thickness (D)
Design 
Repeat

Tooth & 
Space Accessories

MLD303-5 5/8" 1 1/4" 5' 3/16" 1 1/2"

3/4" 
Tooth

3/4"  
Space

—

C

B

A

D

MLD304-5 5/8" 1 1/4" 5' 3/16" 2 1/2" 1 1/4" 
Tooth

1 1/4" 
Space

—

A

D

C

B

MLD304-8 5/8" 1 1/4" 8' 3/16" 2 1/2"

MLD356-12 1 3/8" 1 7/8" 12' — 2 3/8"

1 1/4" 
Tooth

1 1/8" 
Space

—

B

A

C

MLD313-8 2 1/4" 2 3/8" 8' 1/4" 2"

1" 
Tooth

1" 
Space

—

MLD355-8 5/8" 2 1/2" 8' 3/8" — 2 1/8"

1 3/8" 
Tooth

3/4"  
Space

—

C

B

A

C

A

B

D

Mouldings
Continued
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Mouldings
Dentil continued

Part Number
Projection 

(A)
Height  

(B)
Length  

(C)
Bottom 

Thickness (D)
Design 
Repeat

Tooth & 
Space Accessories

MLD354-12 1" 3 1/16" 12' 2 1/4" — 3 1/4"

1 5/8" 
Tooth

1 5/8" 
Space

—
B

A

C

MLD351-8 1 1/4" 3 1/4" 8' 2" — 7"

3 1/2" 
Tooth

3 1/2" 
Space

—

B

A

C

MLD350-8 7/8" 3 1/2" 8' 3 3/4" 1/2" 3 11/16"

2 3/16" 
Tooth

1 1/2" 
Space

—
B

A

D

C

MLD352-8 2" 3 1/2" 8' 3 3/4" — 3 11/16"

2 3/16" 
Tooth

1 1/2" 
Space

—
B

A

C

MLD360-8 3 1/2" 3 3/4" 8' — 8"

3 11/16" 
Tooth

4 5/16" 
Space

—

B

A

C

MLD353-8 1 1/4" 4 7/16" 8' 1/4" — 8 3/4"

4 3/8" 
Tooth

4 3/8" 
Space

—

B

A

C

MLD310-8 1 1/4" 4 1/2" 8' 7/16"

3"

1 17/32" 
Tooth

1 15/32" 
Space

DTLB6X4X6
DTLB9X11X16

B

D

A

C

MLD310-12 1 1/4" 4 1/2" 12' 7/16"

MLD310-16 1 1/4" 4 1/2" 16' 7/16"

MLD332-8
 

1 5/8" 5" 8' 7/8" 4"

2" 
Tooth

2"  
Space

DTLB9X11X16

B

D

A

C



www.fypon.com          89

M
o

u
ld

in
g

s

Mouldings
Dentil continued

Part Number
Projection 

(A)
Height  

(B)
Length  

(C)
Bottom 

Thickness (D)
Design 
Repeat

Tooth & 
Space Accessories

MLD320-8 1 5/8" 5 3/4" 8' 3/8"

4 9/16"

2 3/8" 
Tooth

2 3/16" 
Space

—

B

D

A

C

MLD320-12 1 5/8" 5 3/4" 12' 3/8"

MLD320-16 1 5/8" 5 3/4" 16' 1 1/2" 3/8"

MLD335-12 3 3/8" 6 1/8" 12' 1/2" 7 1/4"

3 1/16" 
Tooth

4 3/16" 
Space

—

B

D

A

C

MLD330-12 1 5/8" 7" 12' 7/8" 4"

2" 
Tooth

2"  
Space

—
B

D

A

C

MLD370-8 6 1/2" 7 1/2" 8' 1" 19 1/4"

4 3/4" 
Tooth

14 1/2" 
Space

—

B

D

A

C

MLD331-16 1 3/8" 9 1/2" 16' 1 1/2" 3/4" 4 1/2"

2 1/4" 
Tooth

2 1/4" 
Space

—

C

B

A

D

MLD333-12 1 3/16" 11 1/2" 12' 4 1/2" 5/8" 5 1/2"

2 3/4" 
Tooth

2 3/4" 
Space

—
B

D

A

C

MLD334-12 4" 15" 12' 3" 2" 21"

9" 
Tooth

12"  
Space

—
B

D

A

C

MLD434-16 3 3/4" 16" 15' 9" 1/8" 21"

9" 
Tooth

12"  
Space

—

A

B

C

D

NOTE: Part comes with routed channel as shown in line art.
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Mouldings
Decorative

Part Number Projection (A) Height (B) Length (C)
Bottom  

Thickness (D)
Design 
Repeat

MLD609-12
Chair Rail
 

7/8" 2 1/16" 12' 3/8" 1 7/8"
B

D

A

C

MLD562-8
Egg & Dart 

2 3/8" 2 15/16" 8' 5" 7/16" 6 1/8"
B

D

A

C

MLD600-8
Florentine

3/4" 4 5/16" 8' 1/4" 5 5/8"
B

D

A

C

MLD600-10
Florentine 

3/4" 4 5/16" 10' 1/4" 5 5/8"

MLD241-16 1 5/8" 4 3/4" 16' 17/32" —

A

B

D
C

MLD640-8
Scalloped 

1" 5 13/16" 8' 1" 6"

A

B

D

C

MLD604-12
Ribbon & Bow  

1 5/16" 6 3/4" 11' 4" 5/8" 13 3/8"

A

B

D
C

MLD647-16
Deco 

1 3/4" 8" 16' 1 3/4" 12"

A

B

C

MLD532-16 2" 13 1/2" 16' 1 1/4" 17 1/8"

A

B

C D

B
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Moulding Accessories
Plinth Blocks / Rosettes

Part Number Width (A) Projection (B) Matching Parts

PB2.5X2.5 2 1/2" 3/4" —

PB3X3 3 5/8" 7/8" FLT103
MLD205

PB3.5X3.5 3 1/2" 3/4" —

PB3.875X3.875 3 7/8" 1 1/8" —

PB4X4 3 5/8" 1 1/8"
FLT103
MLD205

4F Arches

PB5X5 5 1/4" 1" FLT109
MLD211

PB6X6 5 5/8" 1 1/8"
FLT159   
MLD211
MLD706

6F Arches

PB7X7 7 7/16" 1 3/16" MLD208

PB215 3 5/8" 1 1/8" 4M Arches
MLD215

       

PB220 5 1/2" 2" 6M Arches, MLD220,
MLD226, MLD236

PB4X4X1 3 1/2" 1"
FLT103, MLD205,
FLT122, MLD230,

FLT152, 4F Arches
AB

PB5X5A 5 3/8" 1" FLT109 
MLD211

          A
B

AB

AB
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Miterless Accessories
Part Number Height (A) Width (B) Moulding Match

MIC1
Inside Corner 

3 1/8" 2 1/8" MLD452
A

B

MOC1
Outside Corner 

3 1/8" 2 25/32" MLD452
A

B

MDB432 
Divider Block

4 11/16" 1 1/4" MLD432

A

A

B

MDB493
Divider Block 

6 15/16" 3 1/8" MLD493

1 7⁄16"

A

B

Timber Flat Trim
Stainable

C

B

A

Part Number Thickness (A) Width (B) Length (C)

FLT151-12S 3/4" 3 1/2" 12'

FLT110-12S 3/4" 5 1/2" 12'

FLT187-12S 3/4" 7 1/2" 12'

FLT173-12S 3/4" 11 1/2" 12'

FLT30X228X1S 1" 30" 19'

FLT150-12S 1 1/2" 3 1/2" 12'

FLT111-12S 1 1/2" 5 1/2" 12'

FLT197-12S 1 1/2" 7 1/2" 12'

FLT192-12S 1 1/2" 11 1/2" 12'
Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Timber Brick Mould
Stainable

CD

B

A

Part Number Projection (A) Height (B) Length (C) Bottom Thickness (D)

MLDWM180-8S 1 1/4" 2" 8' 1 1/16"
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Crown Dentil System ....... 96 

Combination Crown 
System............................. 97

Massive Crown System ... 98

Go with the Flow
E-Vent™ Systems

Leave it to Fypon to make functional products totally beautiful. Fypon® E-Vent systems, our specially 
designed eave ventilation system, provide needed attic ventilation while still allowing you to maintain the 
architectural style and beauty of the home’s exterior structure. Behind an attractive moulding profile, each 
E-Vent system features a corrosion-resistant screen that helps keep insects out while allowing maximum 
airflow. Originally created to meet the needs of houses with steeply pitched roofs, E-Vent remains a popular 
choice for many different architectural styles. In new construction, E-Vent may eliminate the need to extend 
the soffit overhang, as well as the associated materials, accessories and labor required for installation. It 
may also downsize truss tails, thus reducing the amount of shingles and roof sheathing. For installation 
instructions, please visit www.fypon.com.  

Products shown: EV580, 7" Balustrade System / Rosedale Balusters, Window Crossette System, NP8X48, PST10X10F, B5X7, DMST7X69
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Custom Products

To request a unique custom product design, please contact the Fypon Custom Product Sales 

Department at 855.397.6647. You may also fill out our Quote Request Form, which can be 

obtained at www.fypon.com/products/custom.asp, or contact the Fypon Customer Service 

Department at 800.446.3040.

How to Order
E-Vent™ Systems**
Your first step when ordering an E-Vent system is to determine the style you want. Next, determine how 

much product you need. Most building codes require a net free-ventilating area equal to 1/300 of the 

total area to be ventilated. Half of the ventilation is to be provided in the upper portion of the space to be 

ventilated with the balance provided by eave or cornice vents. 

E-Vent™ Accessories
The accessories shown here are available 

to make E-Vent system installations 

quick and easy. All E-Vent accessories 

are unattached and must be ordered 

separately. 

Joining Block / End Cap

	 Butts right to the end of the 
E-Vent moulding profile for a 
neat, professional look

	 Protrudes slightly from trim 
profile

Mitered Outside Corner

	 Mitered 45° two-piece left and 
right sections for field joining 

	 Allows you to install those 
outside corners fast

Mitered Inside Corner

	 Mitered 45° two-piece left 
and right sections for easy,  
on-the-job accuracy

	 Save time and money 

Filler Block

	 Used as a support filler block 
if field trimming is required 
and additional support is 
needed at the end of the 
moulding

	 Two are shipped with each 
12' moulding

* Loctite® PL Premium® is owned by Henkel Corporation.
** Always consult the local building code authority to determine suitability of products to meet specific project requirements.

How to Use This Section
The products in this section of the catalog are organized by system. 
Once you determine the system style desired, you can find all the 
parts and accessories needed to complete that system conveniently 
grouped together. 

Table & Blade Angles
For recommended table and blade 
angles for mitering 90° corners, please 
visit www.fypon.com.

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Height (B) Width / Length (C)

EV404
Moulding
Matches MLD404 4 7/16" 6 3/16" 144"

EV404B
Joint Block / 
End Cap 4 11/16" 6 5/16" 1 3/4"

EV404MI
Inside Corner
Ships in 2 pieces 4 7/16" 6 3/16" 14"-18"^

EV404MO
Outside Corner
Ships in 2 pieces 4 7/16" 6 3/16" 14"-18"^

EVFB
Filler Block
Fits all E-Vent systems 1 3/8" 1 15/16" 1"

A

C

B

45° Miter Cut

C C

C C

45° Miter Cut

A C

B

A C

B

^ Length may vary to ensure repeatable design.

Crown Dentil System
404 System
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Part Number Projection (A) Height (B) Width / Length (C)

EV570
Moulding
Matches MLD570 7 7/16" 9 5/16" 144"

EV570B
Joint Block /  
End Cap 7 1/2" 9 7/16" 1 3/4"

EV570MI
Inside Corner
Ships in 2 pieces 7 7/16" 9 5/16" 17"

EV570MO
Outside Corner
Ships in 2 pieces 7 7/16" 9 5/16" 22"

EVFB
Filler Block
Fits all E-Vent systems 1 3/8" 1 15/16" 1"

B

CA

45° Miter Cut

C C

C

45° Miter Cut

C

A C

B

A C

B

Combination Crown System
570 System

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Height (B) Width / Length (C)

EV580
Moulding
Matches MLD580 9 1/32" 14 3/4" 144"

EV580B
Joint Block /  
End Cap 9 1/4" 14 11/16" 1 3/4"

EV580MI
Inside Corner
Ships in 2 pieces 9 1/32" 14 3/4" 21 31/32"

EV580MO
Outside Corner
Ships in 2 pieces 9 1/32" 14 3/4" 22 1/32"

EVFB
Filler Block
Fits all E-Vent systems 1 3/8" 1 15/16" 1"

B

CA

45° Miter Cut

C C

45° Miter Cut

C C

A C

B

A C

B

Massive Crown System
580 System

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Nice Touch
Decorative Millwork

When you want to add the ultimate finishing touch, decorative millwork is the perfect choice for both interior 
and exterior applications. Fypon craftsmanship is evident in every exquisite detail. From brackets, corbels 
and gable pediments to niches, ceiling medallions and domes, our collection of architecturally accurate 
decorative millwork will expand your design possibilities and help define the character of any home or room. 
For installation instructions, please visit www.fypon.com. 

Brackets, Corbels & 
Dentil Blocks................... 102 

Gable 
Pediments....................... 122

Trellis System.................. 125

Fishscale Panel............... 125

Decorative Panels........... 126

Porch Spandrels.............. 126

Wreath & Bow ................. 126

Appliques ....................... 127

Fixture Mounts................ 127

Spires.............................. 128

Finials.............................. 129

Ceiling 
Medallions....................... 130

Smooth Beam................. 131

Ceiling Domes................. 132

Wall Niches...................... 133

Quoins............................. 134

Tile Vent........................... 134

Timber Brackets 
& Corbels ........................ 135

Timber Rafter Tails .......... 142

Timber Decorative
Panel ............................... 143

Timber Fixture

Mounts............................ 143

Timber Trellis System...... 144

Timber Beams................. 145

Beam Straps ................... 146

Products shown: BKT35X9, MLD522-16, CR75Y, COR5X10, WCH96X10BT
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Decorative Millwork Accessories
Some decorative millwork products have accessories available or are an 

accessory to another product. All decorative millwork accessories are 

unattached and must be ordered separately. 

How to Order
Decorative Millwork
The first step when ordering decorative millwork is to determine the type of 

product needed. Then find the proper size for your specific application by 

measuring the width and height. 

Custom Products 

To request a unique custom product design, please contact the Fypon Custom 

Product Sales Department at 855.397.6647. You may also fill out our quote 

request form, which can be obtained at www.fypon.com/products/custom.asp, 

or contact the Fypon Customer Service Department at 800.446.3040.

How to Use This Section
The products in this section of the catalog are organized by 
architectural style. You can find a variety of products to match 
the aesthetics of almost any application conveniently grouped 
together. Where applicable, groupings of brackets, corbels and 
dentil blocks are further sorted by height, from smallest to largest. 

* Loctite® PL Premium® is owned by Henkel Corporation.

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Brackets

Part Number Projection (A) Height (B) Overall Width (C)

BKT9X11 9" 11" 3 1/2"

A

B

C

BKT12X12X4 12" 12" 3 1/2"
A

B

C
BKT18X18X4 18" 18" 3 1/2"

BKT16X16 15 7/8" 15 7/8" 2"

A

B

C

BKT10X16X4 9 7/8" 16" 4 7/16"

A

B

C

BKT12X16 11 1/2" 16" 3"

A

B

C

BKT14X16X4 14" 16" 4 7/16"

A

B

C

BKT17X17 16 1/2" 16 1/2" 3 1/2"

A

B

C

BKT16X18X3 16" 18" 3 1/2"

A

B

C
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Brackets
Continued

Part Number Projection (A) Height (B) Overall Width (C)

BKT11X20 11" 20" 3 1/8"

A

B

C

BKT12X24X3 12" 24" 3 1/2"

A

B

C

BKT18X24X4 18" 24" 3 1/2"
A

B

C

BKT18X30X4 18" 30" 3 1/2"

BKT25X27 25" 27 1/2" 3 1/2"
A

B

C

BKT36X36X4 36" 36" 4 "

BKT36X36X6 36" 36" 6"

BKT20X30X6 20" 30" 5 1/2"

A

B

C

BKT32X32 32" 32" 6"
A

B

C

BKT40X40 40" 40" 6"

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Brackets
Cove / Arch

Part Number Projection (A) Height (B) Overall Width (C)

BKT15X18X6 15" 18" 6"

CA

B

BKT19X24X4 18 5/8" 24" 4"
A

B

C
BKT19X36X4 19" 36" 4"

BKT20X24X5 20" 24" 5"

A

B

C

BKT25X25 25" 25" 4"

A

B

C

BKT28X30 28" 30" 3 1/2"

A

B

C

BKT30X30 30" 30" 6"
A

B

C

BKT36X36 36 1/8" 36 1/8" 6"

BKT31X30X5 31" 30" 5"

A

B

C

BKT19X31 19 1/2" 31 1/2" 7 1/4"

A

B

C

BKT24X36 24" 36" 3 1/2"

A

B

C
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Part Number Projection (A) Height (B) Overall Width (C)

BKT5X8 5 7/16" 8 1/4" 4 13/16"

A

B

C

BKT7X10 7 9/16" 10 5/8" 3"
A

B

C

BKT9X13 9" 13" 3"

BKT11X15 11" 15" 3"

BKT15X19 15" 19" 3 1/2"

BKT11X17 11" 17" 2 7/8"

A

B

C

BKT35X9 35" 9" 10 3/4"
C

A

B

BKT7X8 6 9/16" 7 9/16" 1 3/4"

A

B

C

BKT10X16 9 3/4" 16" 2 3/4"

A

B

C

BKT12X17 12 1/16" 16 1/2" 3"

A

B

C

Brackets
Cove / Arch continued

Brackets
Decorative

Part Number Projection (A) Height (B) Overall Width (C)

BKT36X42 36 1/4" 42 1/4" 3 1/2"

A

B

C
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Brackets
Decorative continued

Part Number Projection (A) Height (B) Overall Width (C)

BKT24X24X5 24" 24" 5"

A

B

C

BKT22X30 22" 30" 5 1/2"
A

B

C
BKT30X30X7 30" 30" 7"

BKT7X10X2 7" 10 1/8" 2"

A

B

C

BKT11X11 11 3/8" 11 3/8" 1 1/16"

A

B

C

BKT12X12 12 1/4" 11 1/2" 1 1/16"

A

B

C

BKT12X12GP 12" 12" 1"

A

B

C

BKT12X12WW 12" 12" 1"

A

B

C

BKT12X12X3 12" 12" 3"
A

B

C

BKT22X21 21 3/4" 21 1/2" 3"

BKT14X12 14" 12" 1 1/2"

A

B

C
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Brackets
Decorative continued

Part Number Projection (A) Height (B) Overall Width (C)

BKT10X12 10 1/8" 12 1/2" 1"

A

B

C

BKT13X13 12 7/8" 12 7/8" 1 1/16"

A

B

C

BKT14X15 14" 14 11/16" 1"

A

B

C

BKT16X16X2 16" 16" 2"

A

B

C

BKT16X16X3 16" 16" 2 1/2"

A

B

C

BKT8X18 7 7/8" 17 5/8" 2 1/2"

A

B

C

BKT18X19 17 15/16" 18 7/16" 2 11/16"

A

B

C

BKT19X20 19 1/2" 20" 1 1/8"

A

B

C

BKT12X21X3 12 1/4" 21 1/8" 3 3/16"

A

B

C
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Part Number Projection (A) Height (B) Overall Width (C)

BKT22X21X1 22 1/8" 21 1/2" 1"

A

B

C

BKT16X23X3 16 3/8" 22 11/16" 3 1/2"

A

B

C

BKT18X24 18" 24" 1" A
B

C

BKT23X25 23 1/4" 25 7/16" 1 3/16"

A

B

C

Brackets
Decorative continued

Knee Braces

Part Number Projection (A) Height (B) Overall Width (C)

BKT11X12X3 11 1/4" 12" 3 1/2"

A

B

C

BKT13X15 12 1/2” 14 5/8” 5"

A

B

C

BKT14X14 13 5/16" 13 5/16" 3 1/2"
A

B

C

BKT30X30X8 30" 30" 6 7/8"
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Knee Braces
Continued

Brackets & Dentil Blocks

Part Number Projection (A) Height (B) Overall Width (C)

DTLB5X5X3 5 1/2" 5 1/2" 3 1/2"

A

B

C

BKT6X8 6" 8" 1 1/2"

A

B

C

BKT8X8 8" 8" 2"

C

A

B

Part Number Projection (A) Height (B) Overall Width (C)

BKT15X15 15" 15" 2 1/2"

A

B

C

BKT22X22 22" 22" 2 3/4"

A

B

C

BKT26X28 26" 28" 2 9/16"

A

B

C

BKT8X29X4 8 1/4" 29" 4"

A

B

C

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB9X11X16 16" 9 1/4" 11 1/4"

A

B

C

BKT6X10X1 5 9/16" 10 3/8" 1 1/2"

A

B

C

BKT7X11X3 7" 11" 3 1/2"

A

B

C

BKT10X11 10 1/2" 11 1/4" 3"

A

B

C

BKT7X12X4 7 1/4" 12" 4"

A

B

C

BKT10X12X4 10" 12" 4"

A

B

C

BKT8X13 8" 13" 7 1/4"

A

B

C

BKT13X13X3 13" 13" 3 1/2"

A

B

C

BKT14X16 14" 15 3/4" 4"

A

B

C

Brackets & Dentil Blocks
Continued
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB3.5X5.5X5.5 5 1/2" 3 1/2" 5 1/2"
C

A

B

BKT5X20 5" 20" 3"

A

B

C

BKT6X24 6" 24" 4"

A

B

C

BKT18X24X3 18" 24" 3"

A

B

C

BKT24X24X12
Recessed

24" 24" 12"

A

B

C

BKT22X26 22 1/2" 26" 8 1/2"

A

B

C

Part Number Projection (A) Height (B) Overall Width (C)

DTLB4X6X9 8 3/4" 4 1/4" 6"
A

B

C

Brackets & Dentil Blocks
Continued

Corbel
Bullnose
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Part Number Projection (A) Height (B) Overall Width (C)

BKT3X5 2 15/16" 5 1/8" 2 3/16"

A

B

C

COR5X10 5 1/4" 10" 4"

A

B

C

BKT9X12 11 1/4" 10" 9 15/16"

A

B

C

BKT12X10
Recessed

12" 10 1/8" 7 1/4"

A

B

C

BKT18X10
Recessed

18" 10 1/8" 7 1/4"

A

B

C

BKT9X15 9" 14 1/2" 7"

A

B

C

BKT8X15 7 7/8" 14 7/8" 8 1/4"

A

B

C

BKT11X16 10 1/2" 16 3/16" 4 3/8"

A

B

C

Brackets & Corbels
Decorative
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Brackets & Corbels
Decorative continued

Brackets & Corbels
Ornate

Part Number Projection (A) Height (B) Overall Width (C)

BKT4X18X4 4" 18" 4"

A

B

C

BKT6X24X6 6" 24" 6"

A

B

C

BKT15X28 15 3/8" 27 9/16" 8 3/8"

A

B

C

BKT11X30 11 1/4" 30" 11 1/4"

A

B

C

BKT14X30X8 14 1/4" 30" 7 1/2"

A

B

C

Part Number Projection (A) Height (B) Overall Width (C)

BKT7X5 6 7/8" 4 1/4" 7 3/8"
A

B

C

BKT13X7 13 1/4" 6 5/16" 6 3/8"

A

B

C

BKT19X8 18 15/16" 7 9/16" 8"
A

B

C
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Part Number Projection (A) Height (B) Overall Width (C)

BKT2X10 2" 9 1/2" 3 3/4"

A

B

C

BKT24X12 23 1/2" 11 1/2" 9 1/4"
A

B

C

COR10X14 9 11/16" 14 1/2" 3 3/4"

A

B

C

COR12X16 10 15/16" 16 1/4" 5 15/16"

A

B

C

BKT16X9 9 1/4" 15 7/8" 3 5/8"

A

B

C

BKT7X16 7 7/16" 16 1/4" 5 1/2"

A

B

C

BKT8X17 8 3/16" 16 5/8" 6 3/16"

A

B

C

BKT7X18 6 11/16" 18 1/4" 7 11/16"

A

B

C

COR11X20 11" 20" 6 1/2"
A

B

C
COR14X26 14 1/2" 26" 6 1/2"

Brackets & Corbels
Ornate continued
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Part Number Projection (A) Height (B) Overall Width (C)

BKT11X20X8 11" 20 1/2" 8"

A

B

C

COR22X26 22 1/2" 26" 8 1/2"

A

B

C

BKT18X35 17 1/2" 35" 11"

A

B

C

BKT20X35 20 3/16" 35" 10"

A

B

C

BKT25X36 25 3/16" 36" 18"

A

B

C

Part Number Projection (A) Height (B) Overall Width (C)

DTLB3X3X4 4 7/16" 3 11/16" 3 13/16"

DTLB4X5X7 7 3/4" 4 1/4" 5 1/8"

DTLB4X4X4 4" 4" 4"

C

B

A

Brackets & Corbels
Ornate continued

Brackets, Corbels & Dentil Blocks
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB4X6X7 7 1/8" 4" 6"

DTLB5X6X11 10 3/4" 5 1/4" 6"

DTLB5X4X7 6 7/8" 5 3/8" 4 3/8"

DTLB6X6X8 8" 5 3/8" 5 1/2"

DTLB5X8X10 10" 5 3/8" 7 7/8"

COROG8X6X4 8" 6" 4"

C A

B

DTLB6X6X9.25 9 1/4" 6" 6"

DTLB6X4X6 5 1/2" 6 1/8" 4 3/4"

DTLB6X6X5 5 1/2" 6 1/4" 4 11/16"

Brackets, Corbels & Dentil Blocks
Continued
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB3X5X6 5 3/4" 3 1/8" 4 1/2"

DTLB4X4X9 9" 3 7/8" 4 5/16"

DTLB4X4X7 7 1/4" 4 5/16" 5"

Part Number Projection (A) Height (B) Overall Width (C) Pitch (D)

DTLB6X4X6R12 5 1/2" 10 15/16" 4 3/4" 12 / 12

DTLB6X4X6L12 5 1/2" 10 15/16" 4 3/4" 12 / 12 

Brackets, Corbels & Dentil Blocks
Continued

Brackets, Corbels & Dentil Blocks
Decorative

Part Number Projection (A) Height (B) Overall Width (C)

DTLB6X5X7 6 3/4" 6 5/16" 5"

DTLB8X6X6 5 3/16" 8 1/8" 5 1/2"

BKT10X10X9 10" 10" 9 1/8"

A

B

C
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB5X4X20 20 1/2" 4 3/8" 4 3/8"

DTLB4X6X6 6 3/16" 4 9/16" 5 13/16"

DTLB6X6X9 9 3/8" 5 3/4" 5 1/2"

BKT5X8X6 7 7/8" 5" 5 3/4"

C A

B

DTLB5X5X9 8 11/16" 5 3/8" 4 7/8"

BKT13X6 13 1/4" 5 13/16" 5 7/8"
C A

B

DTLB9X8X8 9" 8 1/8" 8 1/8"

DTLB9X6X22 22" 10 5/8" 8 1/4"

DTLB6X7X9 9 1/4" 6" 7 1/4"

DTLB7X6X12 11 1/2" 6 3/4" 5 1/2"

Brackets, Corbels & Dentil Blocks
Decorative continued
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB8X7X18 18" 7 3/8" 7"

BKT8X8X4 8" 8" 4 7/8"

C A

B

DTLB8X9X14 14" 8" 9"

Part Number Projection (A) Height (B) Overall Width (C)

DTLB2X5X6 6" 2" 5"

DTLB3X3X3 3 1/2" 3 7/16" 3 1/2"

Brackets, Corbels & Dentil Blocks
Decorative continued

Dentil Blocks

Part Number Projection (A) Height (B) Overall Width (C) Pitch (D)

DTLB4X4X7R8 7 1/4" 6 15/16" 4 3/16" 8 / 12

DTLB4X4X7R12 7 1/4" 8 1/4" 3 9/16" 12 / 12

DTLB4X4X7L8 7 1/4" 6 15/16" 4 3/16" 8 / 12

DTLB4X4X7L12 7 1/4" 8 1/4" 3 9/16" 12 / 12

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB3.5X3.5X3.5 3 1/2" 3 1/2" 3 1/2"

C A

B

DTLB3.5X3.5X7 7 13/32" 3 1/2" 3 1/2"
C A

B

DTLB4.5X4X4 3 1/2" 4 1/2" 3 1/2"

DTLB5X6X6 6" 5" 6"

DTLB5X6X18 17 5/8" 5" 6"

DTLB5X6X8 8 1/2" 5" 6"

F100^ 10 3/8" 5 1/2" 5"

DTLB6X8X6 8" 6" 6"

Dentil Blocks
Continued

^ See accessory block COR10X14 on page 114.
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Part Number Projection (A) Height (B) Overall Width (C)

DTLB2X8X12 12" 1 3/4" 7 1/2"

DTLB4X5X8 7 3/4" 3 3/8" 5"

DTLB5X6X10 9 1/2" 4 3/4" 5 7/8"

DTLB6X9X7 6 1/2" 5 1/2" 8 3/4"

DTLB6X5X5 6 3/4" 5 1/2" 5"

DTLB6X9X15 15" 6" 9 1/4"

Dentil Blocks
Decorative
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Gable Pediments
Victorian Style

Gable Pediments
Arched Style

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D)

GP60X36 60 3/8" 36" 1" 14 / 12

GP64X32 62" 32 1/4" 1" 12 / 12

GP80X33 80 1/4" 33 3/4" 1" 10 / 12

GP81X31 81 1/4" 31 1/4" 1" 9 / 12

GP88X29 86 3/8" 29 3/8" 1" 8 / 12

GP96X28 96" 28" 1" 7 / 12

GP107X22 107" 22" 1" 5 / 12

GP110X27 106 7/8" 27 3/8" 1" 6 / 12

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D)

GPA60X24 60" 24" 3 3/16" 9 5/8 / 12

GPA70X35 70" 35" 3 3/16" 12 / 12

GPA81X34 80 7/16" 33 9/16" 2 15/16" 10 / 12

GPA86X32 85 3/16" 32 3/16" 2 7/8" 9 / 12

GPA87X29 86 7/8" 29" 3 1/8" 8 / 12

GPA95X28 95 1/4" 27 3/4" 2 7/8" 7 / 12

GPA104X26 103 1/2" 25 7/8" 3 1/8" 6 / 12

AC

D
B

AC

D
B
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Gable Pediments
Flat Style

Gable Pediments
Holland Style

Gable Pediment Kits
Stewart System

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D)

GPF66X33 66" 36.5" 1" 12 / 12

Part Number Overall Width (A) Overall Height (B) Projection (C) Pitch (D)

GPH48X24 48" 26" 1" 11 / 12

GPH75X34 80 15/16" 35 15/16" 1" 10 / 12

GPH78X29 77 1/2" 28 7/8" 1" 8 / 12 

AC

D

B

AC

D
B

A B

NOTE: GPH75X34 has a chamfered top.

NOTE: GPK401 and GPK801 kits include adhesive and screws.

Part Number
Rake Length (A) 

(Each Side) Pitch Accessories

GPK401 39 5/16" Adjustable from
5 / 12 to 14 / 12 pitch

GPK451

GPK801 77 1/2" Adjustable from
5 / 12 to 14 / 12 pitch

GPK851

Part Number Diameter (B) Pitch Accessories

GPK451 16" — GPK401

GPK851 32 1/16" — GPK801
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Gable Pediment Kits
Wellington System

Gable Pediment Kits
Basic System

Part Number
Rake Length (A) 

(Each Side) Pitch Accessories

GPK402 35 15/16" Adjustable from
5 / 12 to 14 / 12 pitch

GPK452

GPK802 70 5/8" Adjustable from
5 / 12 to 14 / 12 pitch

GPK852

Part Number Diameter (B) Height (C) Accessories

GPK452 16" 13 9/16" GPK402

GPK852 32 1/16" 27 1/8" GPK802

Part Number Base Width (A) Overall Height (B) Thickness Accessories

GPK100 96" 51 5/8" 1 1/4" Adjustable from 
6 / 12 to 12 / 12

NOTE: GPK402 and GPK802 kits include adhesive and screws.

NOTE: Ships in 6 pieces; field trimming and assembly required. Installation hardware and instructions included.

A

B

A

C

B

GPK452

C

B

GPK852
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Trellis System

Fishscale Panel
Round Scales

Part Number Length (A) Overall Length (B) Height (C) Projection (D)

FSR103X17 99 1/4" 102 1/8" 16 13/16" 3/4" A
B D

C

NOTE: See page 144 for timber trellis.

NOTE: For installation instructions, please visit www.fypon.com.

^ This product is not finished on all sides.

Trellis Kit Part Number & Contents Overall Width (Installed) Overall Height (Installed) Projection (Installed)

TRLS19003
Fits 16'-18' Garage Doors

(2) BKT32X31X5, Outlooker
(4) BMD4X8X144, 12' Beam
(18) FLTBA36X3X3, Rafter Tail
(1) TRLS18989, Hardware Kit

21' 9"
Over 16' Door 

23' 9"
Over 18' Door

41 7/8" 36"

TRLS19004
Fits 8'-9' Garage Doors

(2) BKT32X31X5, Outlooker
(2) BMD4X8X48, 4' Beam
(2) BMD4X8X144, 12' Beam
(10) FLTBA36X3X3, Rafter Tail 
(1) TRLS18994, Hardware Kit

13' 9"
Over 8' Door

14' 9"
Over 9' Door

41 7/8" 36"

Individual Trellis Components Part Number Projection Height Overall Width

BKT32X31X5
Outlooker 

32 1/2" 30 5/8" 5 1/4"

BMD4X8X48^
Beam 

4 1/4" 7 3/4" 48"

BMD4X8X144^
Beam

4 1/2" 7 3/4" 144"

FLTBA36X3X3^
Lattice 

36" 3 1/2" 2 3/4"

TRLS18989
Hardware Kit for 
TRLS19003

Kit Contains:
(3) Angle Bracket
(3) U Bracket
(1) Screw Pack
(1) Installation Guide

— —

TRLS18994
Hardware Kit for 
TRLS19004

Kit Contains:
(2) Angle Bracket
(2) U Bracket
(1) Screw Pack
(1) Installation Guide

— —

Scrolled profile on one end only

Angled on one end only
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Decorative Panels^

Porch Spandrels

Wreath & Bow
Victorian Style

Part Number Width / Height (A, B) Projection (C)

DP28X28CH
Crosshatch

27 3/4" 1 1/2"

DP28X28SQX
Square

28" 1 5/16"

^ Panels are designed for decorative use only and cannot be used in a structural rail containment application.

Part Number Length (A) Height (B) Projection (C) Design Repeat (D)

PRS48X8 48" 7 3/4" 1" 5 5/16"
A

B

C
D

PRS96X8 97 1/2" 8 1/4" 2 7/8" 8 1/8"

Part Number Overall Width (A) Overall Height (B)
Outside  

Diameter (C)
Inside  

Diameter (D) Projection

WAB34 86" 38" 34 3/8" 26" 2 3/4"
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Applique

Fixture Mounts

Part Number Width (A) Height (B) Projection

APL5X10
Shell

10 1/2" 5 3/8" 5/8"

APR3X3
Beaumont

2 5/8" 2 5/8" 7/8"

APR17X17
Rosette

16 5/8" 16 5/8" 1"

SC8X8
Scroll

7 3/4" 7 3/4" 7/8"

Part Number Width (A) Height (B) Inside Width (C) Inside Height (D) Projection (E)

FM8X12X2
Vertical

8" 12" 2 1/2" 4" 2"

A
E

B D

C

FMS8X8X2
Square

8" 8" 3 11/16" 2 11/16" 2"

A
E

B D

C
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Spires

Part Number Base Diameter (A) Diameter (B) Height (C) Anchoring Pipe

S3X19 3" 7" 18 3/4"  3/4" x 6"
C

A
B

S4X21 3 1/2" 7" 21 1/4" 3/4" x 6"

C

A
B

S6X32 4 3/16" 6" 32 1/4" 1 1/8" x 3"

B

C

A

S8X56 8" 8" 56" 1 1/8" x 18"

A / B

C
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Full-Round Finial

Part Number Ball Diameter (A) Height (B) Base Diameter (C)

B4X6 4" 5 7/16" 3 1/2"

A

B

C

B5X7 5 1/4" 6 3/4" 4 3/8"

B6X8 5 7/8" 7 13/16" 5 7/8"

B6X9 7" 9" 5 7/8"

B8X10 8" 10" 8 1/4"

B10X13 10" 12 7/8" 8 7/16"

B12X16 12" 16" 12"

B3X4
Pedestal Ball

3 1/8" 4 5/8" 3 5/16"

B3X5
Post Ball

3 1/4" 5 1/4" 3 1/4"

B7X9
Decorative Ball

6 3/16" 8 1/2" 6 1/2"

AFR10
Acorn

4 7/8" 11 1/8" 4 1/2"

C

A

B

PHFR5X11
Pineapple

5 5/8" 11" 4 3/4"

B

C

A

PHFR6X14
Pineapple

7 1/8" 14" 6 1/8"

UFR11
Urn

5 1/2" 11 3/4" 5 3/8"
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Ceiling Medallions
One-Piece

Part Number
Diameter / 

Width Projection
Center Opening 

Diameter

CM13EA
Eaton

13" 1 1/8" —

CM14BL
Belmont

14" 1" —

CM15BM
Beaumont

14 3/8" 2 1/4" 1"

CM16AT
Atlanta

16" 1 1/16" 4 3/8"

CM16FL
Florentine

16" 1 1/8" 4 1/8"

CM16JE
Jefferson

15 1/2" 5/8" 4"

CM16TL
Traditional

16" 1 7/16" 4"

CM19WI
Windsor

19 1/8" 1" 1"

CM31WI
Windsor

31" 2" 1"

CM24GL
Grape Leaf

24" 2 1/4" 19/16"

Part Number
Diameter / 

Width Projection
Center Opening 

Diameter

CM24RE
Reece

24 3/16" 1 1/4" —

CM24RN
Randolph

24 3/8" 1 1/2" 1"

CM30AL
Acanthus Leaf

30 1/4" 2 1/2" 1"

CM32SG
St. Georges

32 1/2" 2 1/2" 1"

CM36NI
Nicolas

35 13/16" 2" 2"

CM38SY
Symmetria

38 1/8" 
Width

28 5/8"
Height

1 13/16" 1"

CM67WT
Whitney

67 1/2" 
Width

43 1/2"
Height

1" 4 3/8"

CM74SF
Suffolk

Ships in 4 pieces

74 1/4" 2" —
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Ceiling Medallions
Two-Piece

Smooth Beam

Ceiling Rosettes

Part Number
Diameter / 

Width Projection
Center Opening 

Diameter

CM16FL2
Florentine

15 13/16" 1 1/16" 5 5/8"

CM16JE2
Jefferson

15 1/2" 11/16" 5 11/16"

CM32RO2
Rochelle

31 7/8" 2 3/16" 5 3/4"

Part Number
Overall  

Width (A)
Overall 

Height (B) Length (C) Inside Width Inside Height

BM4X5X192 6 19/32" 5" 16' 2" 4"

A C

B

Part Number
Diameter / 

Width Projection
Center Opening 

Diameter

CR10MY
Mayflower

9 15/16" 13/16" —

CR5QY
Quincy

4 9/16" 5/8" —

CR7SY
Sylvan

7 3/8" 1 1/2" —
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Ceiling Domes
Round

Ceiling Domes
Oval

Part Number      Edge Profile Section View

DOME41X54
Pembroke

Part Number      Edge Profile Section View

DOME40
Traditional 

DOME47
Taylor 

DOME65
Pembroke

DOME89
Traditional 

12 ½"

59 ¾"
65 ¾"

35 7⁄8"
40 ¼"

7"

10 5⁄16"

47 ¼"
53 ½"

14 3⁄8"

83 ¾"
89 ¼"
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Wall Niches

Part Number Dimensions

NCH18X30

Ships in 1 piece

NCH19X40

Ships in 4 pieces
4"

1 9⁄16"

40 5⁄16"

36 ¾"

2 ¾" 19 ¼"

NCH26X46

Ships in 4 pieces

NCHS26X46
With Shell

Ships in 4 pieces

NCH34X62 

Ships in 4 pieces

5 3⁄8"

61 7⁄8"

50 5⁄8"

3 ¾"
5 7⁄8"

33 ¾"

NCHS34X62
With Shell

Ships in 4 pieces

5 3⁄8"

50 5⁄8"

61 7⁄8"

3 ¾"

5 7⁄8"
33 ¾"

5 7⁄8"

NICHE ROUGH OPENING SIZES

Part Number A B C D

NCH18X30 14 1/2" 26" 4" 4"

NCH19X40 14 1/2" 37" 4 7/16" 4 7/16"

NCH26X46 23 3/4" 41" 6 15/16" 6 15/16"

NCHS26X46 23 3/4" 41" 6 15/16" 6 15/16"

NCH34X62 26 1/4" 54 1/2" 7 1/4" 7 1/4"

NCHS34X62 26 1/4" 54 1/2" 7 1/4" 7 1/4"
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Quoins

Tile Vent

Part Number Width (A) Height (B) Projection (C)

QN10X12X1 10 1/2" 10" 12"

A

B

C

QN10X16X1 14 1/2" 10" 16"

A

B

C

QN16X16 16" 16" 1 1/2"
A

BC

QN16X96
6-Panel

16" 96" 1 1/2"
B

A

C

Part Number Width (A) Height (B) Projection (C) Inside Diameter (D)

CN6X6 6" 6" 6" 4"
A

CB

D

TV20X19.75 20" 19 ¾" 3" 4"

A

C

B

D
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Timber Brackets
Stainable

Part Number Projection (A) Height (B) Overall Width (C)

BKT14X16X3.5S 14" 16" 3 1/2"

BKT12X18X3X1S 12" 18" 3 1/2"

BKT18X18X3X1S 18" 18" 3 1/2"

BKT13X18X8S 13" 18" 8"

C

A

B

BKT24X18X4S 24" 18" 4"

BKT12X20X3S 12" 20" 3 1/2"

BKT18X20X3S 18" 20" 3 1/2"

BKT21X20X6S 21 1/2" 20" 5 1/2"

BKT18X24X3X2S 18" 24" 3 1/2"

C

A

B

BKT22.5X27.5X5.5S 22 1/2" 27 1/2" 5 1/2"

C

A

B

Timber Brackets continued on next page
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Part Number Projection (A) Height (B) Overall Width (C)

BKT12X24X3S 12" 24" 3 3/8"

12"

BKTCV18X24X4S 18" 24" 3 1/4"

BKTCV18X24X6S 18" 24" 5 1/4"

BKTCV21X30X4S 21" 30" 3 1/4"

BKTCV21X30X6S 21" 30" 5 1/4"

BKTSC18X24X3S 18" 24" 3"

BKTS18X24X6S 18" 24" 5 1/2"

24"

BKT22X30X6S 21 1/2" 30" 6"

A

B

C

Timber Brackets
Cove / Arch Stainable continued

Timber Knee Braces
Stainable

Part Number Projection (A) Height (B) Overall Width (C)

                  BKT16X18X4S 16" 18" 4"

                  BKT22X24X4S 20 15/16" 23 9/16" 3 3/4"

                  BKT28X32X4S 28" 32" 4 1/4"

                     
                    BKT14X30X7.5S 13 1/2" 30" 7 1/2"

                  BKT22X30X8S 21 1/2" 30" 7 1/2"

                 
                   BKT16X32X4S 16" 32" 4"

A

B

C
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Part Number Projection (A) Height (B) Overall Width (C)

BKT5X5X3S* 5 1/2" 5 1/2" 3 1/2" A

B

CBKT5X5S* 5 1/2" 5 1/2" 5 1/2"

BKT10X6X8S* 10" 6" 8"
A

B

C

BKT8X8X6S* 8" 8" 6"

C

A

B

COROG24X6S* 24" 5 7/8" 5 5/8"

COR24X6X5S* 24" 6 1/2" 5 1/2"

COROG20X7S* 20" 7" 8 1/2"

COROG15X7S* 14 1/2" 7 1/4" 6"

COROGA15X7S* 14 1/2" 7 1/4" 6"

COROGD15X7S* 14 1/2" 7 1/4" 6"

A

B

C

A

B

C

A

B

C

A

B

C

A

B

C

A

B

C

Timber Brackets & Corbels
Stainable

* Product has open cavity. Timber Brackets & Corbels continued on next page
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Timber Brackets & Corbels
Stainable continued

Part Number Projection (A) Height (B) Overall Width (C)

COR16X7X3RX5S* 16" 7 1/4" 5"

COROG29X8S* 28 3/8" 7 3/8" 7 3/8"

COROG48X8S* 48" 7 3/8" 7 3/8"

COR7X11S 11 3/8" 7 3/8" 7"

A

B

C

COROG8X12S* 11 3/8" 7 3/8" 7 3/8"

A

B

C

COROG16X8X8S* 16" 8" 7"
C

A

B

COR39X10X5.5S* 39 3/16" 9 1/8" 5 1/2"

BKT5X10S 5" 10" 3 1/2"

A

B

C

COR16X10X8S* 16" 10 1/2" 8"

A

B

C

BKT12X12X4-7S* 12" 12" 4"

A

B

C

BKT14X12X6S* 14" 12" 6"

A

B

C

BKT11X13X6S* 11" 13" 6"

A

B

C

A

B

C

A

B

C

A

B

C

* Product has open cavity.
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Timber Brackets & Corbels
Stainable continued

Timber Corbels
Bullnose Stainable

Part Number Projection (A) Height (B) Overall Width (C)

COR24X6X6S* 24" 6" 6"
A

B

C

 COROGF15X7S* 14 1/2" 7 1/4" 6"

A

B

C

CORBN14X8X6S* 14" 7 1/4" 5 1/4"

A

B

C

CORBN14X10X6S* 14" 9 1/4" 5 1/4"

CORBN16X8X4S* 16" 7 1/4" 3 1/4"

CORBN18X6X4S* 18" 5 1/4" 3 1/4"

CORBN18X12X6S* 18" 11 1/4" 5 1/4"

CORBN22X10X6S* 22" 9 1/4" 5 1/4"

CORBN24X6X6S* 24" 5 1/4" 5 1/4"

COR21X6X12S* 21" 12" 6"
A

B

C

Part Number Projection (A) Height (B) Overall Width (C)

COR7X15X4S 7" 15" 4"

A

B

C

BKT12X18X6S 12" 18" 6"

COROG34X19S* 33 3/4" 18 3/4" 7 3/8" B

CA

* Product has open cavity.
Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Cove Stainable

Part Number Projection (A) Height (B) Overall Width (C)

CORCV18X6X4S* 18" 5 1/4" 3 1/4"

CORCV18X6X6S* 18" 5 1/4" 5 1/4"

CORCV18X8X4S* 18" 7 1/4" 3 1/4"

CORCV18X8X6S* 18" 7 1/4" 5 1/4"

CORCV18X10X6S* 18" 9 1/4" 5 1/4"

CORCV18X12X6S* 18" 11 1/4" 5 1/4"

COR24X8X6S* 24" 8" 6"

 COR16X5X3S* 16" 5 3/8" 3 3/8"
A

B

C

 BKT36X7X8S* 36" 7" 8"

BKT7X13X7S* 13" 7 1/4" 7 1/2"
A

B

C

COR24X7X5S* 24" 7 1/2" 5 1/2"

A

B

C

 COR48X7X5S* 48" 7 1/2" 5 1/2"

A

B

C

A

B

C

A
B

C

* Product has open cavity.
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Timber Corbels
Stainable

Timber Corbels
Decorative Stainable

Part Number Projection (A) Height (B) Overall WIdth (C)

 COR24X5X5S* 24" 5 1/2" 5 1/2"

 COR16X7X3S* 16" 7 1/4" 3 1/4"

COR16X7X5S* 16" 7 1/4" 5 1/2"

CORA24X16X4S 24" 8" 4"

C

A

B

 BKT18X9X3S* 18" 9" 3"

COR14X6X8S* 14" 6" 8"
C

A

B

 COR24X16X4S 24" 16" 4"

A

B

C

A

B

C

A

B

C

A

B

C

Part Number Projection (A) Height (B) Overall Width (C)

BKT4X8S 3 7/8" 7 5/8" 3 1/4"

A

B

C

* Product has open cavity.
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Part Number Projection (A) Height (B) Overall Width (C)

BMRTS4X4X24S* 24" 3 1/4" 3 1/4"

B

C
A

BMRTS6X4X12S* 12" 5 1/4" 3 1/4"

BMRTS6X4X24S* 24" 5 1/4" 3 1/4"

BMRTS6X6X12S* 12" 5 1/4" 5 1/4"

BMRTS6X6X24S* 24" 5 1/4" 5 1/4"

BMRTS8X4X12S* 12" 7 1/4" 3 1/4"

BMRTS8X4X24S* 24" 7 1/4" 3 1/4"

BMRTS8X6X24S* 24" 7 1/4" 5 1/4"

BMRTBN8X4X15S* 15" 
8 / 12 Pitch

7 3/4" 4"
B

C

A

BMRTBN8X4X30S* 30" 7 3/4" 4"

Timber Rafter Tails
Stainable

Timber Rafter Tails
Double-Ended Stainable

Part Number Projection (A) Height (B) Overall Width (C)

BMRTDE8X4X40S* 40" 8" 4"
C

A

B

BMRTDE6X3X32S*

BMRTDE6X4X36S*

32"

36"

6"

6"

3"

4" C

A

B

BMRTDE9X3X32S* 32" 9" 3"
C

A

B

BMRTDE9X4X36S* 36" 9" 4"
C

A

B

BMRTDE8X3X36S* 36" 8" 3"
C

A

B

* Product has open cavity.

* Product has open cavity.
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Timber Rafter Tails
Stainable continued

Timber Fixture Mounts
Stainable

^ Product is timber texture with white primer.

Part Number Width (A) Height (B)
Inside  

Width (C)
Inside  

Height (D) Projection (E)

FMS8X8X2S 8" 8" 3 11/16" 2 11/16" 2"
A

E

B D

C

FM8X12X2S 8" 12" 2 1/2" 4" 2"
A

E

B D

C

FMS8X8X2W^ 8" 8" 2 11/16" 3 11/16" 2"
A

E

B D

C

Timber Decorative Panel^
Stainable

^ Panels are designed for decorative use only and cannot be used in a structural rail containment applications.

Part Number Width / Height (A, B) Thickness (C)

DA10X10SQXS 10" 1"

DA12X12SQXS 12" 3 1/2"

Part Number Projection (A) Height (B) Overall Width (C)

COR16X8S* 16" 8" 6"

 COR8X9X4S* 8" 9" 4"
CA

B

BMCRT25X12X6S* 25" 12" 6"

C

A

B
BMRTA10X5X45S* 45" 11 3/16" 5 13/32"

* Product has open cavity.
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Timber Trellis System
Stainable

Trellis Kit Part Number & Contents Overall Width (Installed) Overall Height (Installed) Projection (Installed)

TRLS18987
Fits 16'-18' Garage Doors

(2) BKT32X31X5S, Outlooker
(4) BMD4X8X144S, 12' Beam
(18) FLTBA36X3X3S, Rafter Tail
(1) TRLS18989, Hardware Kit

21' 9"
Over 16' Door 

23' 9"
Over 18' Door

41 7/8" 36"

TRLS18988
Fits 8'-9' Garage Doors

(2) BKT32X31X5S, Outlooker
(2) BMD4X8X48S, 4' Beam
(2) BMD4X8X144S, 12' Beam
(10) FLTBA36X3X3S, Rafter Tail 
(1) TRLS18994, Hardware Kit

13' 9"
Over 8' Door

14' 9"
Over 9' Door

41 7/8" 36"

Individual Trellis Components Part Number Projection Height Overall Width

BKT32X31X5S
Outlooker  

32 1/2" 30 5/8" 5 1/4"

BMD4X8X48S^
Beam 

4 1/4" 7 3/4" 48"

BMD4X8X144S^
Beam

4 1/4" 7 3/4" 144"

FLTBA36X3X3S^
Lattice

36" 3 1/2" 2 3/4"

TRLS18989
Hardware Kit for 
TRLS18987

Kit Contains:
(3) Angle Bracket
(3) U Bracket
(1) Screw Pack
(1) Installation Guide

— —

TRLS18994
Hardware Kit for 
TRLS18988

Kit Contains:
(2) Angle Bracket
(2) U Bracket
(1) Screw Pack
(1) Installation Guide

— —

NOTE: See page 125 for smooth trellis.
^ This product is not finished on all sides.

NOTE: For installation instructions, please visit www.fypon.com.

Scrolled profile on one end only

Angled on one end only
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Timber Beam
Cedar Style / Solid Stainable

Timber Beam
Milled Style Stainable

Part Number Overall Width (A) Overall Height (B) Length (C)

BMST3X8X216S 3 1/2" 8 1/2" 18'

Part Number
Overall 
Width

Overall 
Height (A) Length (B)

Inside 
Width (C)

Inside 
Height

BMCDR4X3X168S 3 1/2" 2 1/2" 14' 2" 1 3/4" C

A

BBMCDR8X6X168S 7 1/4" 5 3/4" 14' 5 3/4" 5"

NOTE: This product does not have timber texture on back side.

Timber Beam
Mesa Style Stainable

Timber Beam
Tahoe Style Stainable

NOTE: See following page for matching beam strap.

Part Number
Overall 

Width (A)
Overall 

Height (B)
Length 

(C)
Inside Width

Top (D)
Inside Width 
Bottom (E)

Inside 
Height (F)

Approx. 
Weight

BMM6X8X144S 5 31/32" 7 17/32" 12' 3 3/4" 3 31/32" 6 17/32" 26 lbs.

C

D F
B

E
A

BMM6X8X234S 5 31/32" 7 17/32" 19' 6" 3 3/4" 3 31/32" 6 17/32" 41 lbs.

BMM8X10X234S 7 1/4" 9" 19' 6" 4 1/4" 4 31/32" 7 3/4" 61 lbs.

BMM10X15X234S 9 1/8" 14 13/16" 19' 6" 5 5/16" 6 21/32" 13 5/16" 113 lbs.

Part Number
Overall 

Width (A)
Overall 

Height (B)
Length 

(C)
Inside Width

Top (D)
Inside Width 
Bottom (E)

Inside 
Height (F)

Approx. 
Weight

BMT8X10X234S 7 7/32" 8 31/32" 19' 6" 4 1/4" 4 15/16" 7 23/32" 61 lbs.

C

D
F

E

A

B

A

B

C
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Beam Strap
Mesa Style Stainable

Beam Strap
Tahoe Style Stainable

Part Number Thickness
No. of 
Bolts Overall Width (A) Overall Height (B) Beam

BMSTRPM6X8 3/8" 4 7 1/16" 8 1/8" BMM6X8X144S,  
BMM6X8X234S

A

BBMSTRPM8X10 3/8" 6 8 1/4" 9 3/8" BMM8X10X234S

BMSTRPM10X15 3/8" 6 10 1/16" 15 1/8" BMM10X15X234S

Part Number Thickness
No. of 
Bolts Overall Width (A) Overall Height (B) Beam

BMSTRPT8X10 3/8" 6 8 1/4" 9 3/8" BMT8X10X234S

A

B

Hammered Texture
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A Breath of Fresh Air
Louvers & Gable Vents

Designed to be both beautiful and functional, louvers have been a useful design accent for centuries. Fypon 
offers two basic louver types, functional (venting) and decorative (non-venting), in a multitude of shapes to fit 
most architectural styles. Decorative louvers have a solid, one-piece design that does not allow air to pass 
through. These types of louvers are for aesthetic purposes only. Designed to provide additional ventilation, 
functional louvers feature angled slats to help protect interiors from the elements. The inside of the functional 
louver has a corrosion-resistant screen that helps keep insects out while allowing airflow between the slats. 
In addition, accessory pieces, such as flat trim and keystones, are available for most louver styles.  
For installation instructions, please visit www.fypon.com. 

Cathedral 
Louver & Trim................ 150

Eyebrow Louver............. 151

Peaked Louver.............. 151

Half-Round 
Louver & Trim................ 152

Oval Louver & Trim........ 153

Round Louver & Trim..... 154

Octagon Louver............. 155

Diamond Louver............ 155

Vertical Louver............... 156

Horizontal Louver.......... 158

Two-Piece Triangle  
Louver ........................... 158

Triangle Louver.............. 159

Half-Round Louver........ 160

Oval Louver................... 160

Plain Round Louver....... 162

Round Louver................ 162

Quarter-Round 
Louver ........................... 164

Timber Cathedral 
Louver ........................... 165

Timber Round 
Louver ........................... 165

Timber Vertical 
Louver ........................... 165

Products shown: Custom 6M Elliptical Arch, K6TM, MLD220-12, MLDS85308BP, EBLV18X30, WCH72X6K, MLDS85299BP
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How to Order 
Louvers
The first step when ordering a louver is to find the proper size for your specific application by measuring the 

width and height. Then find the louver you need to order by locating your desired style with corresponding 

measurements on the following pages. 

4F Trim
(Actual Size 3 ½")

Keystone
(For Trim Profile)

Keystone
(For Brick Mould  
Profile on Louver)

6F Trim
(Actual Size 5 ½")

Keystone for
Louver

Keystone for 4F  
and 6F Trim

Keystone for Louver
with Brick Mould  

Plus 4F Trim

Louver Accessories
Keystones and trim are available pre-attached to standard products as 

fabricated items (see below). Keystones and trim can also be ordered 

as unattached accessories by listing the matching part number as a 

separate line item on your order. 

Louver Keystone Applications

Fabricated & Custom Products
Some products shown in this section are available with fabricated options. This means one or more standard 

parts can be altered to create additional sizes, attach accessories or route a channel to accept siding. To request 

a fabricated product – or to request a unique custom product design – please fill out our  Quote Request Form, 

which can be obtained at www.fypon.com/product/custom.asp, or contact the Fypon Custom Product Sales 

Department at 855.397.6647 or the Fypon Customer Service Department at 800.446.3040.

Functional Louvers** 
If you are ordering a functional louver, you should order a louver that is approximately 

2" larger than your rough opening on all sides of the louver. This will allow you to 

attach the louver to the substrate through the brick mould edge.

The products in this section of the catalog are organized by louver style 

followed by matching trim. Where applicable, matching keystones are 

referenced for each louver and trim piece. 

20"

14"

Order 
LV18X24

14" x 20" 
Rough 

Opening

How to Use This Section

* Loctite® PL Premium® is owned by Henkel Corporation.
** Always consult the local building code authority to determine suitability of products to meet specific project requirements.

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Cathedral Louver 4F & 6F Flat Trim 4F Art Deco Style

Louver 
Decorative  
Part Number

Width Height
Louver
Functional 
Part Number

Vent Area Louver Trim

CLV12X18 12" 18" FCLV12X18 8 Sq. In. —

CLV12X24 12" 24" FCLV12X24 10 Sq. In. —

CLV14X22 14" 22" FCLV14X22 14 Sq. In. —

CLV16X36 16" 36" FCLV16X36 21 Sq. In. —

CLV18X24 18" 24" FCLV18X24 20 Sq. In. —

CLV18X30 18" 30" FCLV18X30 36 Sq. In. CLV18X30X4F

CLV18X54 18" 54" FCLV18X54 50 Sq. In. CLV18X54X4F

CLV22X31 22" 31 1/2" FCLV22X31 41 Sq. In.

CLV22X31X4F
CLV22X31X6F
CLV22X31X4FA

CLV24X48 24" 48" FCLV24X48 73 Sq. In. —

CLV28X43 28" 43" FCLV28X43 76 Sq. In. —

CLV36X48 36" 48" FCLV36X48 102 Sq. In. —

Flat Trim
Part Number Inside Width Inside Height Trim Width Projection

CLV18X30X4F 18 3/16" 30 3/16" 3 1/2" 1"

CLV18X54X4F 18 1/8" 54 1/8" 3 1/2" 1"

CLV22X31X4F 22 3/16" 31 11/16" 3 1/2" 1"

CLV22X31X6F 22 3/16" 31 11/16" 5 1/2" 1"

Art Deco
Part Number Inside Width Inside Height Trim Width Projection

Keystone 
Projection

CLV22X31X4FA 22 3/16" 31 11/16" 3 1/2" 1" 2 1/4"

Keystone
Page 47

K4TF
KP4TF

Cathedral Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M



www.fypon.com          151

Lo
u

ve
rs &

 G
a

b
le

 V
e

n
ts

Height

Width

1 5⁄8"

2"

Decorative 
Part Number Width

Overall 
Height Shoulder Height Radius

Functional Part 
Number Vent Area

EBLV12X24 12" 24" 22" 10" FEBLV12X24 13 Sq. In.

EBLV18X30 18" 30" 27 1/2" 16" FEBLV18X30 30 Sq. In.

EBLV22X32 22" 32" 28 1/2" 20" FEBLV22X32 38 Sq. In.

Pitch

Width

Height

2"

1 5/8"

Decorative 
Part Number Width  Height Pitch

Functional Part 
Number Vent Area

PLV18X24-8 18" 24" 8 / 12 FPLV18X24-8 20 Sq. In.

PLV18X30-9 18" 30" 9 / 12 FPLV18X30-9 28 Sq. In.

PLV18X36-10 18" 36" 10 / 12 FPLV18X36-10 35 Sq. In.

PLV24X30-10 24" 30" 10 / 12 FPLV24X30-10 37 Sq. In.

PLV24X36-8 24" 36" 8 / 12 FPLV24X36-8 50 Sq. In.

PLV24X36-10 24" 36" 10 / 12 FPLV24X36-10 48 Sq. In.

PLV24X36-12 24" 36" 12 / 12 FPLV24X36-12 47 Sq. In.

Eyebrow Louver
Brick Mould Style

Peaked Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 

For options not shown above, please call Custom Product Sales at 855.397.6647 or fill out 
our Quote Request Form at www.fypon.com/products/custom.asp
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Louver Decorative
 Part Number Width Height

Functional Part 
Number Vent Area Louver Trim

HRLV22X11 22" 11" FHRLV22X11 7 Sq. In. —

HRLV24X12 24" 12" FHRLV24X12 9 Sq. In. —

HRLV28X14 28" 14" FHRLV28X14 13 Sq. In. —

HRLV32X16 32" 16" FHRLV32X16 21 Sq. In. —

HRLV36X18 36" 18" FHRLV36X18 28 Sq. In. HRLV36X4F

HRLV40X20 40" 20" FHRLV40X20 36 Sq. In. —

HRLV42X21 42" 21" FHRLV42X21 40 Sq. In. —

HRLV48X24 48" 24" FHRLV48X24 55 Sq. In. —

HRLV60X30 60" 30" FHRLV60X30 85 Sq. In. —

HRLV72X36 72" 36" FHRLV72X36 122 Sq. In. —

 Trim Part Number Inside Width Inside Height Trim Width Projection

HRLV36X4F 36 3/16" 18 3/16" 3 1/2" 1"

Half-Round Louver 4F Flat Trim

Half-Round Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M

Keystone 
Page 47 

K4TF
KP4TF

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 

For options not shown above, please call Custom Product Sales at 855.397.6647 or fill out 
our Quote Request Form at www.fypon.com/products/custom.asp
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Decorative Part 
Number Overall Width Overall Height Trim Width Trim Projection

Functional Part 
Number Vent Area

HRLV32X16-4F 39" 23" 3 1/2" 1" FHRLV32X16-4F 21 Sq. In.

HRLV36X18-4F 43" 25" 3 1/2" 1" FHRLV36X18-4F 29 Sq. In.

HRLV36X18-6F 47" 29" 5 1/2" 1" FHRLV36X18-6F 29 Sq. In.

HRLV40X20-6F 51" 31" 5 1/2" 1" FHRLV40X20-6F 36 Sq. In.

Horizontal Louver 
Decorative Part 
Number Width Height

Horizontal Louver 
Functional Part 
Number Vent Area Louver Trim

OVLV37X25H 37" 24 1/2" FOVLV37X25H 41Sq. In. OVLV37X25X4F

Vertical Louver 
Decorative Part 
Number Width Height

Vertical Louver 
Functional Part 
Number Vent Area Louver Trim

OVLV12X24V 12" 24" FOVLV12X24V 16 Sq. In. —

OVLV18X24V 18" 24" FOVLV18X24V 18 Sq. In. —

OVLV25X37V 24 1/2" 37" FOVLV25X37V 24 Sq. In. OVLV37X25X4F

Oval Louver – Vertical Oval Louver – Horizontal 4F Flat Trim

Keystone
Page 47

K4TF,  KP4TF, K6TF,  KP6TF

Oval Louver
Brick Mould Style

Half-Round Louver
with Flat Trim Attached

Trim Part Number Inside Width Inside Height Trim Width Projection

OVLV37X25X4F 37 3/16" 24 11/16” 3 1/2" 1"

Keystone 
Page 47 

KWM180M
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Decorative Part 
Number Diameter

Functional Part 
Number Vent Area Louver Trim

RLV12^ 12" FRLV12^ 7 Sq. In. —

RLV16 16" FRLV16 9 Sq. In. —

RLV18 18" FRLV18 12 Sq. In. RLV18X4F

RLV22 22" FRLV22 22 Sq. In. —

RLV24 24" FRLV24 27 Sq. In. RLV24X4F

RLV28 28" FRLV28 38 Sq. In. RLV28X4F

RLV30 30" FRLV30 46 Sq. In. —

RLV36 36" FRLV36 70 Sq. In. CIR36X4F

RLV42 42" FRLV42 99 Sq. In. —

RLV48 48" FRLV48 107 Sq. In. —
* Product must be field trimmed to match RLV12 and FRLV12.
^ 1 5/16" projection on RLV12 and FRLV12

Diameter

Trim Part Number Trim Width Projection Inside Diameter

RLV18X4F 3 1/2" 1" 18 3/16"

RLV24X4F 3 1/2" 1" 24 3/16"

RLV28X4F 3 1/2" 1" 28 3/16" 1" Inside
Diameter

Trim
Width

Round Louver 4F Flat Trim

Round Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M*

Keystone 
Page 47 

K4TF
KP4TF

For options not shown above, please call Custom Product Sales at 855.397.6647 or fill out 
our Quote Request Form at www.fypon.com/products/custom.asp
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Number Width Height
Functional Part 
Number Vent Area

OLV18 18" 18" FOLV18 14 Sq. In.

OLV22 22" 22" FOLV22 23 Sq. In.

OLV24 24" 24" FOLV24 29 Sq. In.

OLV28 28" 28" FOLV28 41 Sq. In.

OLV30 30" 30" FOLV30 49 Sq. In.

24"

Decorative Part  
Number Width Height

Functional Part 
Number Vent Area

DLV24X24 33 15/16" 33 15/16" FDLV24X24 32 Sq. In.

Octagon Louver
Brick Mould Style

Diamond Louver
Brick Mould Style

Keystone
Page 47

KWM180M
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Decorative Part
Number Width Height

Functional Part
Number Vent Area

LV8X15 8" 15" FLV8X15 3 Sq. In.

LV8X24 8" 24" FLV8X24 7 Sq. In.

LV8X30 8" 30" FLV8X30 9 Sq. In.

LV12X18 12" 18" FLV12X18 10 Sq. In.

LV12X24 12" 24" FLV12X24 16 Sq. In.

LV12X30 12" 30" FLV12X30 18 Sq. In.

LV12X36 12" 36" FLV12X36 22 Sq. In.

LV12X40 12" 40" FLV12X40 24 Sq. In.

LV14X27 14" 27" FLV14X27 20 Sq. In.

LV14X30 14" 30" FLV14X30 22 Sq. In.

LV14X32 14" 32" FLV14X32 27 Sq. In.

LV16X24 16" 24" FLV16X24 21 Sq. In.

LV16X36 16" 36" FLV16X36 32 Sq. In.

LV18X24 18" 24" FLV18X24 24 Sq. In.

LV18X30 18" 30" FLV18X30 31 Sq. In.

LV18X36 18" 36" FLV18X36 38 Sq. In.

LV18X42 18" 42" FLV18X42 45 Sq. In.

LV20X28 20" 28" FLV20X28 31 Sq. In.

LV24X24 24" 24" FLV24X24 35 Sq. In.

LV24X30 24" 30" FLV24X30 45 Sq. In.

LV24X36 24" 36" FLV24X36 54 Sq. In.

LV24X48 24" 48" FLV24X48 74 Sq. In.

LV30X42 30" 42" FLV30X42 84 Sq. In.

Vertical Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M



www.fypon.com          157

Lo
u

ve
rs &

 G
a

b
le

 V
e

n
tsDecorative Part 

Number Width Height
Functional Part 
Number Projection

LVNS18X24 18" 24" FLVNS18X24 21 Sq. In.

Decorative Part 
Number Width Overall Width Height

Functional Part 
Number Vent Area

LV18X24-4F6WCH 26 1/2" 31" 33 1/2" FLV18X24-4F6WCH 24 Sq. In.

^ Available as decorative only

Decorative Part 
Number Overall Width Overall Height Trim Width Trim Projection

LV12X18-4F^ 19" 25" 3 1/2" 1"

LV18X30-4F^ 25" 37" 3 1/2" 1"

Vertical Louver
Brick Mould Style with No Sill

Vertical Louver
with 4F Flat Trim & 6" Crosshead

Vertical Louver
with Flat Trim Attached^

Keystone 
Page 47 

KWM180M

For options not shown above, please call Custom Product Sales at 855.397.6647 or fill out 
our Quote Request Form at www.fypon.com/products/custom.asp
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Height

2"

Pitch

Width

Decorative Part 
Number Width Height Pitch

Functional Part 
Number Vent Area

TRLVLR60X25 60" 25" 10 / 12 FTRLVLR60X25 35 Sq. In.

TRLVLR60X30 60" 30" 12 / 12 FTRLVLR60X30 46 Sq. In.

TRLVLR108X27 108" 27" 6 / 12 FTRLVLR108X27 78 Sq. In.

TRLVLR115X35 115" 34 1/2" 7 3/16  / 12 FTRLVLR115X35 133 Sq. In.

TRLVLR120X30 120" 30" 6 / 12 FTRLVLR120X30 104 Sq. In.

Decorative Part
 Number Width Height

Functional Part 
Number Projection

LV27X17 27" 17" FLV27X17 23 Sq. In.

LV32X16 32" 16" FLV32X16 28 Sq. In.

Horizontal Louver
Brick Mould Style

Two-Piece Triangle Louver
Brick Mould Style

Keystone 
Page 47 

KWM180M

For options not shown above, please call Custom Product Sales at 855.397.6647 or fill out 
our Quote Request Form at www.fypon.com/products/custom.asp
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Decorative Part 
Number Width Height Pitch

Functional Part 
Number Vent Area

TRLV36X18 36" 18" 12 / 12 FTRLV36X18 10 Sq. In.

TRLV42X21 42" 21" 12 / 12 FTRLV42X21 18 Sq. In.

TRLV48X10 48" 10" 5 / 12 FTRLV48X10 8 Sq. In.

TRLV48X12 48" 12" 6 / 12 FTRLV48X12 12 Sq. In.

TRLV48X18 48" 18" 9 / 12 FTRLV48X18 19 Sq. In.

TRLV48X22 48" 22" 11 / 12 FTRLV48X22 27 Sq. In.

TRLV48X24 48" 24" 12 / 12 FTRLV48X24 31 Sq. In.

TRLV60X18 60" 17 1/2" 7 / 12 FTRLV60X18 27 Sq. In.

TRLV60X23 60" 22 1/2" 9 / 12 FTRLV60X23 30 Sq. In.

TRLV60X25 60" 25" 10 / 12 FTRLV60X25 33 Sq. In.

TRLV60X30 60" 30" 12 / 12 FTRLV60X30 51 Sq. In.

TRLV64X27 64" 26 1/2" 10 / 12 FTRLV64X27 34 Sq. In.

TRLV64X32 64" 32" 12 / 12 FTRLV64X32 60 Sq. In.

TRLV65X21 65" 21" 7 3/4  / 12 FTRLV65X21 35 Sq. In.

TRLV66X22 66" 22" 8 / 12 FTRLV66X22 35 Sq. In.

TRLV72X36 72" 36" 12 / 12 FTRLV72X36 79 Sq. In.

TRLV76X19 76" 19" 6 / 12 FTRLV76X19 30 Sq. In.

TRLV84X18 84" 17 1/2" 5 / 12 FTRLV84X18 34 Sq. In.

TRLV84X21 84" 21" 6 / 12 FTRLV84X21 44 Sq. In.

TRLV88X22 88" 22" 6 / 12 FTRLV88X22 38 Sq. In.

Triangle Louver
Brick Mould Style
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Decorative Part 
Number Overall Width Overall Height Projection

Functional Part 
Number Vent Area

HRLV36X18MTK 36" 18 9/16" 3" FHRLV36X18MTK 24 Sq. In.

Decorative Part 
Number Overall Width Overall Height Overall Projection Trim Projection

Functional Part 
Number Vent Area

HRLV29-6FKWD 41 5/8" 29" 3 13/16" 1 1/2" FHRLV29-6FKWD 29 Sq. In.

3"

Width

Height

2 1/4"

Decorative Part
Number Overall Width Overall Height Projection

Functional Part 
Number Vent Area

OVL35X28K215 37 1/2" 30" 3" FOVL35X28K215 41 Sq. In.

Half-Round Louver
with Decorative Trim & Keystone

Half-Round Louver
with Decorative Trim & Keystone

Oval Louver – Horizontal
with Decorative Trim & Keystones
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Decorative Part 
Number Overall Width Overall Height Projection

Functional Part 
Number Vent Area

OVLV20X29VTK 20" 29" 2 5/32" FOVLV20X29VTK 9 Sq. In.

Decorative Part 
Number Overall Width Overall Height Projection

Functional Part 
Number Vent Area

OVL28X35K215V 30" 37 1/2" 3" FOVL28X35K215V 39 Sq. In.

Decorative Part 
Number Overall Width Overall Height Projection

Functional Part 
Number Vent Area

OVLV29X20TK 29" 20 19/32" 2 5/32" FOVLV29X20TK 7 Sq. In.

Oval Louver – Horizontal
with Flat Trim & Keystones

Oval Louver – Vertical
with Decorative Trim & Keystones

Oval Louver – Vertical
with Flat Trim & Keystones



www.fypon.com          162

Lo
u

ve
rs

 &
 G

a
b

le
 V

e
n

ts

Decorative Part 
Number Diameter Trim Width Trim Thickness

Functional Part 
Number Vent Area

RLVC30 29 7/8" 3" 2 1/4" FRLVC30 23 Sq. In.

Decorative Part 
Number Diameter Trim Width Trim Thickness

Functional Part 
Number Vent Area

RLV32-2F 32" 2" 1 5/8" FRLV32-2F 38 Sq. In.

Decorative Part 
Number Diameter Trim Width Projection

Functional Part 
Number Vent Area

PRLV27 27" 4" 2 1/2" FPRLV27 23 Sq. In.

Diameter
21

2
"

Trim Width

Diameter2 1/4"

Trim Width

Diameter

Trim Width

Decorative Part 
Number Diameter

Overall Width /
Height Trim Width Trim Thickness

Functional Part 
Number Vent Area

RLV24-4FTK 31" 32 27/32" 3 1/2" 1" FRLV24-4FTK 26 Sq. In.

RLV24-6TK 35" 38" 5 1/2" 1" FRLV24-6TK 26 Sq. In.

RLV30-6TK 41" 44" 5 1/2" 1" FRLV30-6TK 47 Sq. In.

Plain Round Louver

Round Louver
with Flat Trim & Flat Keystones

Round Louver
with Flat Trim

Round Louver
with Cross

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Height

WidthProjection

Decorative Part 
Number Diameter Overall Width / Height Projection

Functional Part 
Number Vent Area

RLV16MTK 16" 17 1/8" 3 21/32" FRLV16MTK 4 Sq. In.

RLV18MTK 18" 19 1/8" 3 21/32" FRLV18MTK 4 Sq. In.

RLV24MTK 23 7/8" 25" 3 5/8" FRLV24MTK 19 Sq. In.

RLV30MTK 30" 31 1/8" 3 21/32" FRLV30MTK 35 Sq. In.

RLV32MTK 31 5/8" 33 1/4" 4 3/32" FRLV32MTK 26 Sq. In.

RLV40MTK 40" 41 1/4" 3 21/32" FRLV40MTK 76 Sq. In.

Round Louver
with Decorative Trim & Keystones

Decorative Part 
Number Diameter Width Trim Width Trim Thickness

Functional Part 
Number Vent Area

RLV24TK 22 7/8" 24" 3 1/2" 1" FRLV24TK 10 Sq. In.

RLV30TK 28 7/8" 30" 3 1/2" 1" FRLV30TK 22 Sq. In.

RLV32TK 30 5/16" 31 9/16" 3 1/2" 1" FRLV32TK 25 Sq. In.

RLV36TK 35" 36" 3 1/2" 1" FRLV36TK 38 Sq. In.

Decorative Part 
Number Diameter Trim Width Trim Thickness 

RS16K^ 16" 18 1/4" 2 7/16"

^ Available as decorative only

Trim Thickness

Diameter

Trim Width

Round Louver
with Flat Trim & Keystones

Round Sunburst Louver
with Decorative Trim & Keystones^



www.fypon.com          164

Lo
u

ve
rs

 &
 G

a
b

le
 V

e
n

ts

Decorative Part 
Number Width Height

Functional Part 
Number Vent Area

QLLV24 24" 24" FQLLV24 26 Sq. In.

Decorative Part 
Number Width Height

Functional Part 
Number Vent Area

QRLV24 24" 24" FQRLV24 26 Sq. In.

Quarter-Round Louver – Left
Brick Mould Style

Quarter-Round Louver – Right
Brick Mould Style
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Decorative Part
 Number Diameter

Functional Part 
Number Vent Area

RLV18S 18" FRLV18S 12 Sq. In.

RLV22S 22" FRLV22S 22 Sq. In.

RLV24S 24" FRLV24S 27 Sq. In.

Decorative Part 
Number Width Height

Functional Part 
Number Vent Area

CLV14X18S 14" 18" FCLV14X18S 9 Sq. In.

CLV22X31S 22" 31 1/2" FCLV22X31S 41 Sq. In.

Diameter

Timber Round Louver
Brick Mould Style Stainable

Timber Vertical Louver
Brick Mould Style Stainable

Timber Cathedral Louver
Brick Mould Style Stainable

Decorative Part 
Number Width Height

Functional Part
 Number Vent Area

LV12X18S 12" 18" FLV12X18S 10 Sq. In.

LV14X18S 14" 18" FLV14X18S 11 Sq. In.

LV12X24S 12" 24" FLV12X24S 16 Sq. In.

LV16X24S 16" 24" FLV16X24S 21 Sq. In.

LV18X24S 18" 24" FLV18X24S 24 Sq. In.

LV20X30S 20" 30" FLV20X30S 35 Sq. In.
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Define Your Boundaries
Balustrade Systems

This design accent is excellent for defining a living space. With Fypon® balustrade systems, you can 
transform any ordinary porch, patio or balcony into an impressive, sophisticated space. With distinctive 
styles and sizes available, Fypon balustrades are made from corrosion-resistant parts that keep 
their beauty with little maintenance. Most fasteners remain totally hidden to provide a clean, classic 
appearance from any view. Made of the same durable polyurethane material featured in all our products, 
most balustrade parts are also structurally reinforced. For easy installation and ordering, complete 
systems are available with all the essential components. For installation instructions, please visit 
www.fypon.com. 

Balusters..................... 169

Rails ............................ 174

Installation Aids........... 175

Newel Posts................ 176

Post Accessories ........ 178

Stone Balustrade 
Systems ...................... 180

Products shown: BTR12X96, BBR12X96, BAL6X24AY, NP12X48, PST13S13P
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How to Order
Balustrade Systems**
Fypon smooth balustrades are available in three systems: 5", 7" 

and 12".  This size designates the width of the top and bottom rail. 

In addition to these three sizes, we offer a stone-textured system, 

which has a 6" wide top and bottom rail. 

Columns and Porch Posts 

A variety of structural post options are available to customize your balustrade system. Choose from structural 

porch posts or structural columns in the Porch Posts, Columns and Post Wrap section, beginning on page 182. 
NOTE: When using porch posts with any railing system, make sure that the base height of the post can accommodate the overall 

height of your railing system.

Planning Your Layout 
Balusters  

For each baluster, we have noted a center spacing dimension. This is the maximum  

center-to-center distance between balusters that does not allow a 4" ball to pass through at 

any point. The number of balusters you need can be found by dividing the rail span, in inches,  

by the center spacing dimension shown under each part.  

NOTE: When dividing gives you a fractional result, always round up to the next whole number as shown in  
the example.

Newel Posts 

Each newel post will require one newel post installation kit (NPK) to anchor the base of the post, as well as any post 

tops, balls or trim collars desired. 

Rail Installation Kits  

Each rail section (span between two newel posts) will require two rail installation 

kits (BRK). Rail installation kits will connect both ends of one rail to a newel post, 

with the exception of BRK12ANGLBKT. This kit connects both ends of one section, 

requiring only one kit per section. 
NOTE: Fypon rail installation kits will not work on stair applications. Top and bottom rails do not 

come pre-drilled.

No.

19.2

Example:
BAL3X20CC – Requires 5" on center spacing

(Round up to 20)

Balustrade System Accessories 

Balustrade system accessories are available to help achieve your desired look. All balustrade accessories are 

unattached and must be ordered separately. 

Custom Products 
To request a unique custom product design, please contact the Fypon Custom Product Sales Department at 
855.397.6647. You may also fill out our Custom Quote Request Form, which can be obtained at www.fypon.com/
products/custom.asp, or contact the Fypon Customer Service Department at 800.446.3040.

* Loctite® PL Premium® is owned by Henkel Corporation.
** Always consult the local building code authority to determine suitability of products to meet specific project requirements.

The products in this section of the catalog are organized by style 
and then size. Once you determine the style of balustrade system 
desired, you can find the right size for your project with all the parts 
and accessories needed to complete the system, conveniently 
grouped together. 

How to Use This Section

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Peaked Post Top

Porch Post

Baluster Top Rail

Rail Support Block

Trim Collar

Newel Post

Baluster Bottom Rail

Baluster

Baluster Reinforced

Baluster Top Rail ReinforcedPeaked Post Top

Trim Collar Baluster Bottom Rail Reinforced

Newel Post Reinforced Load-Bearing Porch Post Reinforced

Rail Support Block
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Ashley Baluster
Part Number

Balustrade 
System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL2X10AY 5" 10" 6" 2" 2" 2 1/4" 1 3/4" 5 7/8"

BAL2.5X15AY 5" 15" 9" 3" 3" 2 1/2" 1 7/8" 5 27/32"

BAL3X20AY 5" 20" 15" 2 1/2" 2 1/2" 2 1/2" 1 7/16" 5 3/8"

BAL3X24AY 5" 24" 15" 1 1/2" 4 1/2" 2 1/2" 1 3/8" 5 3/8"

BAL3X28AY 5" 28" 19" 4 5/8" 4 5/8" 2 1/2" 1 3/8" 5 11/32"

BAL3X32AY 5" 32" 23" 4 1/2" 4 1/2" 2 1/2" 1 3/8" 5 11/32"

BAL3X36AY 5" 36" 24" 6" 6" 2 1/2" 1 1/4" 5 3/16"

BAL4X24AY 7" 24" 15" 4 1/2" 4 1/2" 4 1/2" 3 1/2" 7 3/8"

BAL5X20AY 7" 20" 13" 3 1/2" 3 1/2" 4 1/2" 3 1/2" 7 21/32"

BAL5X24AY 7" 24" 17" 3 1/2" 3 1/2" 4 1/2" 3 7/16" 7 3/8"

BAL5X28AY 7" 28" 19" 4 1/2" 4 1/2" 4 1/2" 3 13/32" 7 11/32"

BAL5X32AY 7" 32" 22 15/16" 4 1/2" 4 1/2" 4 1/2" 3 3/8" 7 11/32"

BAL6X24AY 12" 24" 15" 4 1/2" 4 1/2" 5 1/2" 4 7/16" 8 3/8"

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

E

A

D

C

B

F

Fypon reserves the right to hollow out the back of any product without notice. Some products may be made 
as assemblies. 



www.fypon.com          170

B
a

lu
st

ra
d

e
 S

ys
te

m
s

Part Number
Balustrade 

System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL3X20CC 5" 20" 13" 3 1/2" 3 1/2" 2 1/2" 1 3/32" 5"

BAL3X24CC 5" 24" 17" 3 1/2" 3 1/2" 2 1/2" 1 1/32" 4 31/32"

BAL3X28CC 5" 28" 21" 3 1/2" 3 1/2" 2 1/2" 1" 4 15/16"

BAL3X32CC 5" 32" 25" 3 1/2" 3 1/2" 2 1/2" 1 3/32" 5 1/32"

BAL5X20CC 7" 20" 10" 5" 5" 5" 3 19/32" 7 21/32"

BAL5X24CC 7" 24" 14" 5" 5" 5" 3 19/32" 7 21/32"

BAL5X28CC 7" 28" 18" 5" 5" 5" 3 9/16" 7 1/2"

BAL5X30CC 7" 30 1/2" 20 1/2" 5" 5" 5" 3 19/32" 7 17/32"

BAL5X32CC 7" 32" 22" 5" 5" 5" 3 9/16" 7 1/2"

BAL4X27CCOB 7" 27" 19" 4" 4" 4 1/4" 1 27/32" 5 13/16"

BAL4X31CCOB 7" 31" 23" 4" 4" 4 1/4" 1 25/32" 5 11/16"

BAL5X28CCOB 7" 28" 21 1/8" 3 3/8" 3 3/8" 4 1/2" 2" 5 29/32"

BAL7X24CC 12" 24" 12" 6" 6" 7" 5 17/32" 9 15/32"

BAL7X28CC 12" 28" 16" 6" 6" 7" 5 15/32" 9 3/8"

BAL7X28CCOB 12" 28" 21 3/16" 3 13/32" 3 13/32" 7" 3 9/16" 7 17/32"

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

E

A

D

C

B

F

Classic Baluster
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Part Number
Balustrade 

System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL3X18LN 5" 18" 12" 3" 3" 3" 1 1/2" 5 19/32"

BAL3X18LNOB 5" 18" 15" 1 1/2" 1 3/4" 3" 1 1/2" 5 7/16"

BAL3X20LN 5" 20" 14" 3" 3" 3" 1 1/2" 5 7/16"

BAL3X24LN 5" 24" 18" 3" 3" 3" 1 1/2" 5 7/16"

BAL3X28LN 5" 28" 22" 3" 3" 3" 1 1/2" 5 7/16"

BAL3X32LN 5" 32" 26" 3" 3" 3" 1 1/2" 5 7/16"

BAL3X36LN 5" 36" 30" 3" 3" 3" 1 1/2" 5 7/16"

BAL4X24LN^ 7" 24" 20 1/4" 1 3/4" 2" 3 1/2" 2" 5 15/16"

BAL5X31LN 7" 31" 24" 3 1/2" 3 1/2" 4 1/2" 2" 5 15/16"

BAL5X31LNOB
7",  
12"

31" 24" 2 1/2" 4 1/2" 5" 2 1/2" 5 11/16"

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

E

A

D

C

B

F

Part Number
Balustrade 

System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL3X24RL 5" 24" 18" 3" 3" 2 1/2" 1 1/2" 5 7/16"

BAL5X16RL 7", 12" 16" 8" 4" 4" 4 1/2" 3 5/16" 7 1/4"

BAL5X20RL 7", 12" 20" 12" 4" 4" 4 1/2" 2 23/32" 6 21/32"

BAL5X20RLOB 7", 12" 20 1/4" 14 3/4" 2 1/2" 3" 4 1/2" 2 1/2" 6 7/16"

BAL5X24RL 7", 12" 24" 16" 4" 4" 4 1/2" 2 23/32" 6 21/32"

BAL5X24RLOB 7", 12" 24" 17" 3" 4" 4 1/2" 2 1/4" 6 3/16"

BAL5X28RL 7", 12" 28" 20" 4" 4" 4 1/2" 2 23/32" 6 21/32"

BAL7X25RL 12" 24 1/2" 17" 3" 4 1/2" 6 3/4" 3" 6 15/16"

BAL7X28RL 12" 28" 16" 6" 6" 6 3/4" 4 31/32" 8 29/32"

E

A

D

C

B

F

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

^ Cannot be used for stair applications.

Logan Baluster

Rosedale 
Baluster
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Part Number
Balustrade 

System Height (A) Width (B)
Maximum Center-to-

Center Distance

BAL2X16SQ 5" 16" 1 3/4" 5 11/16"

BAL2X20SQ 5" 20" 1 3/4" 5 11/16"

BAL2X24SQ 5" 24" 1 3/4" 5 11/16"

BAL2X28SQ 5" 28" 1 3/4" 5 11/16"

BAL2X32SQ 5" 32" 1 3/4" 5 11/16"

BAL2X48SQ 5" 48" 1 3/4" 5 11/16"

BAL5X28SQ 7", 12" 28" 4 7/8" 8 13/16"

A

B

E

A

D

C

B

F

Part Number
Balustrade 

System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL4X22BE 7" 22" 19 1/8" 1 1/8" 1 3/4" 4" 2 3/8" 6 9/32"

BAL5X19BE 7", 12" 19 1/8" 16 1/4" 1 1/8" 1 3/4" 5 1/4" 2 3/4" 6 23/32"

BAL5X22BE 7", 12" 22" 16 1/8" 2 1/8" 3 3/4" 5" 3 3/16" 7 5/32"

BAL5X31BE 12" 31" 24 7/16" 2 17/32" 4 1/32" 5 3/4" 2 7/8" 6 27/32"

BAL5X34BE 12" 33 7/8" 24 7/16" 3 31/32" 5 15/32" 5 3/4" 2 7/8" 6 7/8"

BAL6X22BE 12" 21 7/8" 16 1/8" 2 1/16" 3 11/16" 6 3/16" 4" 7 15/16"

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

Square Baluster

Beaumont 
Baluster
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Part Number
Balustrade 

System A B C D E F

Maximum 
Center-

to-Center 
Distance

BAL3X18WF 5" 18" 10" 4" 4" 2 1/2" 1 3/8" 5 17/32"

BAL3X20WF 5" 20" 12" 4" 4" 2 1/2" 1 9/32" 5 7/32"

BAL3X20WFOB 5" 20 1/4" 12 1/2" 3 3/4" 4" 2 3/4" 1 9/16" 5 1/2"

BAL3X24WF 5" 24" 16" 4" 4" 2 1/2" 1 7/32" 5 5/32"

BAL3X28WF 5" 28" 20" 4" 4" 2 1/2" 1 7/32" 5 5/32"

BAL3X32WF 5" 32" 24" 4" 4" 2 1/2" 1 7/32" 5 5/32"

BAL3X36WF 5" 36" 28" 4" 4" 2 1/2" 1 7/32" 5 5/32"

BAL5X20WF 7", 12" 20" 12" 4" 4" 4 1/2" 3 1/4" 7 3/16"

BAL5X24WF 7", 12" 24" 16" 4" 4" 4 1/2" 3 9/32" 7 5/32"

BAL5X28WF 7", 12" 28" 20" 4" 4" 4 1/2" 3 7/32" 7 5/32"

BAL5X32WF 7", 12" 32" 24" 4" 4" 4 1/2" 3 7/32" 7 5/32"

BAL6X24WF 12" 24" 16" 4" 4" 5 1/2" 4 7/32" 8 1/8"

BAL6X28WF 12" 28" 20" 4" 4" 5 1/2" 4 7/32" 8 5/32"

E

A

D

C

B

F

NOTE: Baluster images shown above may not be an accurate representation of every size within each  
category. For additional line art images, please visit www.fypon.com.

Woodruff 
Baluster
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^ Maximum rail span distance for field applications is 96".

^ Maximum rail span distance for field applications is 96".

Top Rail Part Number
Balustrade 

System Length A B C

BTR5X96 5" 96" 3 1/4" 3 1/8" 4 5/8"

BTR5X144^ 5" 144" 3 1/4" 3 1/8" 4 5/8"

BTR7X96 7" 96" 5 1/2" 5 1/4" 7"

BTR7X120^ 7" 120" 5 1/2" 5 1/4" 7"

BTR7X144^ 7" 144" 5 1/2" 5 1/4" 7"

BTR12X96 12" 96" 9" 5 1/4" 11 7/8"

BTR12X120^ 12" 120" 9" 5 1/4" 11 7/8"

BTR12X144^ 12" 144" 9" 5 1/4" 11 7/8"

Bottom Rail Part Number
Balustrade 

System Length A B C

BBR5X96 5" 96" 4 1/2" 3 1/8" 3 3/4"

BBR5X144^ 5" 144" 4 1/2" 3 1/8" 3 3/4"

BBR7X96 7" 96" 7" 5 1/4" 5 1/2"

BBR7X120^ 7" 120" 7" 5 1/4" 5 1/2"

BBR7X144^ 7" 144" 7" 5 1/4" 5 1/2"

BBR12X96 12" 96" 11 7/8" 5 1/4" 9"

BBR12X120^ 12" 120" 11 7/8" 5 1/4" 9"

BBR12X144^ 12" 144" 11 7/8" 5 1/4" 9"

A

C

B

A

C

B

A

C

B

A

C

B

A

C

B

A

C

B

Top & Bottom Straight Rails
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NOTE: Center line is approximately 94 1/4 " in length. 

Part Number
Balustrade 

System Radius A B C

BTRR5X60 5" 60" 3 1/4" 3 1/8" 4 5/8"

BBRR5X60 5" 60" 4 1/2" 3 1/8" 3 3/4"

Part Number
Balustrade 

System Installation Notes

RSB4X4X6
Rail Support Block 5", 7", 12"

Install under the bottom rail at a span of 48"  
or less. Dimensions: 4" x 4" x 7 1/4" (may be 
trimmed for height)

BRK5
Rail Installation Kit 5"

Connects both ends of one 5" top or bottom rail to 
support structure. Order two kits per section.
Kit Contents:

     (2) Angle Brackets & Mounting Hardware

BRK6-7
Rail Installation Kit 7"

Connects both ends of one 7" top or bottom rail to 
support structure. Order two kits per section.
Kit Contents:

     (2) Angle Brackets & Mounting Hardware

BRK12
Rail Installation Kit 12"

Connects both ends of one 12" top or bottom rail 
to 12" newel post or other support. Order two kits 
per section.
Kit Contents:

     (4) Angle Brackets & Mounting Hardware

BRK12ANGLBKT
Rail Installation Kit 12"

Connects both ends of one 12" top or bottom rail 
to 13" newel post only. Order two kits per section.
Kit Contents:

     (2) Angle Brackets & Mounting Hardware

A

C

B

A

C

B

Top

Bottom

Radius Rails

Installation Aids
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Corner Panel 
Newel Post

Decorative 
Newel Post

Part Number Balustrade System A B Accessories

NP6X48 5" 48" 5 1/2"
PST6X6FP
PST7X7F
PST7X7P

TC6

NP8X48 7" 48" 7 1/2"
PST8X8FP
PST10X10F
PST10X10P

TC8

Part Number Balustrade System A B Accessories

NPCP8X48 7" 48" 8"
PST9X9FP
PST10X10F
PST10X10P

TC8-8

NPCP13X48 12" 48" 12 1/2"
PST13X13FP
PST14X14F
PST14X14P

Part Number Balustrade System A B Accessories

NP10X48 7" 48" 10" PST11X11FP
PST12X12F

NOTE: Post tops shown are sold separately.

NOTE: Post tops shown are sold separately.

NOTE: Post tops shown are sold separately.A

B

A

B

A

B

Plain Newel 
Post
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Plain Newel 
Post

Installation Kits

Part Number Balustrade System A B Accessories

NPSP8X48 7" 48" 8"
PST9X9FP
PST10X10F
PST10X10P

TC8-8

NPSP13X48 12" 48" 12 1/2"
PST13X13FP
PST14X14F
PST14X14P

Part Number Balustrade System A B Accessories

NP12X48 12 " 48" 12"
PST13X13F
PST13X13P
PST13X13FP

NOTE: Post tops shown are sold separately.

NOTE: Post tops shown are sold separately.

Newel post installation kits are 
sold separately from the newel 
posts. Fasteners to mount steel 
base plate to the floor surface 
are not provided.

A

B

B

A

B

B

B

Installation Kit Kit Contents

NPK10 Secures one 10" newel post to the structural substrate

NPK12 Secures one 12" newel post to the structural substrate

NPK13 Secures one 13" newel post to the structural substrate

NPK400 Secures one 6" newel post to the structural substrate

NPK600 Secures one 8" newel post to the structural substrate

Straight Panel 
Newel Post
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Post Accessories

Part Number
Balustrade 

System
Bottom  

Width (A) Top Width (B) Height (C) Accessories

B5X7
Ball Top

5", 7" 4 3/8" 5 1/4" 6 3/4" PST7X7F

B10X13
Ball Top

12" 8 7/16" 10" 12 7/8" PST13X13F
PST14X14F

PST3X5
Pedestal Ball Top

5", 7" 3 1/2" 3" 4 3/4" PST7X7F

PST6X6FP
Fancy Peaked Top

5" 5 1/32" — 2 1/16" NP6X48

PST8X8FP
Fancy Peaked Top

7" 8 1/16" 9 3/8" 2 15/16" NP8X48

PST9X9FP
Fancy Peaked Top

7" 8 7/8" 10 3/8" 3" NPCP8X48
NPSP8X48

PST11X11FP
Fancy Peaked Top

7" 13 5/32" — 4 1/2" NP10X48

PST13X13FP
Fancy Peaked Top

12" 12 21/32" — 4 19/32"
NP12X48

NPCP13X48
NPSP13X48

PST7X7F
Flat Post Top

5" 6 1/2" 4 1/2" 1 1/2" NP6X48

PST10X10F
Flat Post Top

7" 9 1/2" 6 1/4" 2"
NP8X48

NPCP8X48
NPSP8X48

A

B

C

A

C

A

B

C

NOTE: Image shown 
represents all Fancy 
Peaked Tops.

A

B

C
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Post Accessories
Continued

Part Number
Balustrade 

System
Bottom  

Width (A) Top Width (B) Height (C) Accessories

PST13X13F
Flat Post Top

12" 12 1/2" 8 21/32" 1 1/2" B10X13
NP12X48

PST14X14F
Flat Post Top

12" 14" 8 11/16" 3 1/8"
B10X13

NPCP13X48
NPSP13X48

PST12X12F
Flat Post Top

7" 11 7/16" 10 1/2" 1 5/16" NP10X48

PST7X7P
Peaked Post Top

5" 6 1/2" — 1 1/2" NP6X48

PST10X10P
Peaked Post Top

7" 9 1/2" — 3"
NP8X48

NPCP8X48
NPSP8X48

PST13X13P
Peaked Post Top

12" 13 1/2" — 1 1/2" NP12X48

PST14X14P
Peaked Post Top

12" 14" — 5" NPCP13X48
NPSP13X48

TC6
Trim Collar

5" 9 1/8" 5 5/8" 2" NP6X48

TC8
Trim Collar

7" 11 1/8" 7 5/8" 2" NP8X48

TC8-8
Trim Collar

7" 11 1/8" 8 1/8" 2" NPCP8X48
NPSP8X48

A

B

C

A

C

A

B
C

A

BC

NOTE: Image shown 
represents all Peaked 
Post Tops.

NOTE: Image 
shown represents 
all Trim Collars.
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Stone Euro Baluster

Part Number Height (A) Width (B)
Maximum Center-to- 

Center Distance

BAL5X28EUST 27 27/32" 5 11/32" 7 5/8"

A

B

Stone Rails

^ Maximum rail span distance for field applications is 96".

Part Number Length A B C D

BTR6X96ST 96" 23 13/16" 5 23/32" 4 31/32" 6 15/32"

BTR6X120ST^ 120" 23 13/16" 5 23/32" 4 31/32" 6 15/32"

BBR6X96ST 96" 23 13/16" 5 5/8" 4 27/32" 6 7/32"

BBR6X120ST^ 120" 23 13/16" 5 5/8" 4 27/32" 6 7/32"

Top

Bottom

A

D

C

B

A

D

C

B

A

D

C

B
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^ Can be painted to blend with stone system.

Stone Installation Aids

Part Number Installation Notes

RSB4X4X6^
Rail Support Block

Install under the bottom rail at a span of 48" 
or less. Dimensions: 4" x 4" x 7 1/4" (may be 
trimmed for height)

BRK6-7
Rail Installation Kit

Connects both ends of one 7" top or bottom rail 
to support structure. Order two kits per section.
Kit Contents:

     (2) Angle Brackets & Mounting Hardware

Stone Newel 
Post

Stone Post 
Accessories

Part Number A B Installation Kit Accessories

NP8X48ST 48" 7 1/2" NPK600 PST10X10PST

Part Number A B

PST10X10PST 9 1/2" 3"

NOTE: Post tops shown are sold separately.

A

B

A

A

B



P
o

rc
h

 P
o

st
s,

 C
o

lu
m

n
s 

&
 P

o
st

 W
ra

p

www.fypon.com          182

 

Timeless Beauty
Porch Posts, Columns & Wraps

Fypon® structural porch posts and columns provide the perfect combination of classic beauty and 
strength. Our porch posts and columns are designed to be beautiful, as well as strong, with high-density 
polyurethane construction and structural reinforcement. Alternatively, if you’ve already met the structural 
requirements of your project, Fypon decorative wraps can add the perfect finishing touch. Designed 
to install easily around an existing structural support, Fypon decorative wraps allow you to add the 
aesthetic appeal of decorative porch posts and columns near the end of your project. For installation 
instructions, please visit www.fypon.com. 

Porch Posts ................. 184

Columns ...................... 186

Lamp Post ................... 188

Timber Column............. 188

Timber Post Wrap ....... 189

Stone Half-Round 
Columns....................... 189

Products shown: COL11X96FSQ
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Structural Porch Posts & Columns** 
Structural porch posts and columns are reinforced and have load-bearing capacities up 

to 12,000 pounds. Installation hardware is included for easy ordering. Simply choose 

the style of column or porch post desired in a height that is equal to or slightly larger 

than the required height. Porch posts and columns can be trimmed to various lengths 

without affecting load rating. Be sure to order the appropriate quantity of porch posts 

and columns to adequately support the weight of the load they will carry.

How to Order
The first step is to determine whether you need load-bearing 

porch posts and columns, or a decorative wrap to conceal an 

existing structural post. 

Decorative Wraps 

Decorative wraps are non-structural and simply wrap an existing 4" x 4" treated wood 

post or other structural support. The decorative post wrap shown in this section is 

a 2-piece kit that includes 3-sided wrap and backer. We also carry a full line of PVC 

column wraps. For our PVC Catalog, please visit www.fypon.com.

Column & Wrap Accessories 
Caps and bases are available as decorative accessories to help you 

achieve your desired look. These accessories are unattached and 

must be ordered separately. 

* Loctite® PL Premium® is owned by Henkel Corporation.
** Always consult the local building code authority to determine suitability of products to meet specific project requirements. 

How to Use This Section
The products in this section of the catalog are organized by 
style. Where applicable, matching caps and bases are shown 
with the product.  

Remember to Order Adhesive
A urethane-based adhesive must be 
used on all joint surfaces. See page 190 
to order Loctite® PL Premium® Adhesive.*
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Fypon reserves the right to hollow out the back of any product without notice. Some products may be made as assemblies. 
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Colonial Porch Post
Structural

Porch Post
Structural

Part Number Width (A)
Overall  

Height (B)
Bottom Block 

Height (C)
Load Bearing 

Capacity Balustrade System

PP5X102 4 3/4" 101 5/16" 41 7/16" 6,000# 5" System

PP6X96 5 1/2" 96" 44 7/16" 6,000# 5" System

PP6X108 5 1/2" 108" 44 1/2" 6,000# 5" System

PP6X120 5 1/2" 120" 44 1/2" 6,000# 5" System

PP8X96 7 1/2" 96" 44 7/16" 12,000# 7" System

Part Number Width (A)
Overall  

Height (B)
Bottom Block 

Height (C)
Load Bearing 

Capacity Balustrade System

PP8X120A 7 1/2" 120" 42" 12,000# 7" System

B

A

C

A

C

B

NOTE: Installation kit included. Porch posts can be field trimmed to various heights without losing load rating.

NOTE: Installation kit included. Porch posts can be field trimmed to various heights without losing load rating.
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Fluted Porch Post
Structural

Fluted Porch Post
Structural

Part Number Width (A)
Overall  

Height (B)
Bottom Block 

Height (C)
Load Bearing 

Capacity Balustrade System

PPF8X120 7 1/2" 120" 42" 12,000# 7" System

B

A

C

B

A

C

Part Number Width (A)
Overall  

Height (B)
Bottom Block 

Height (C)
Load Bearing 

Capacity Balustrade System

PP5X108F 5 1/2" 108" 42 1/8" 6,000# 5" System

NOTE: Installation kit included. Porch posts can be field trimmed to various heights without losing load rating.

NOTE: Installation kit included. Porch posts can be field trimmed to various heights without losing load rating.
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Plain Square Porch Post
Structural

Part Number Width (A) Height (B)
Load Bearing 

Capacity Balustrade System

PP6X96FBSQ 5 1/2" 96" 12,000# 5" System

B

A

NOTE: Installation kit included. Porch posts can be field trimmed to various heights without losing load rating.

Fluted Square Column
Structural

B

A

Part Number Width (A)
Base / Cap 

Width Height (B) Base Height Load Bearing Capacity

COL8X96FSQ 6" 8" 96" 13 1/2" 12,000#

COL11X96FSQ 8" 10 1/2" 96" 13 3/4" 12,000#

COL11X108FSQ 8" 10 5/8" 108" 13 1/4" 12,000#

NOTE: Installation kit included.
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Plain Square Column
Structural

Part Number Width (A) Cap Width Height (B) Load Bearing Capacity

COL8X96FBTSQ 5 1/2" 8" 96" 12,000#

B

A

NOTE: Installation kit included.

Panel Square Column
Structural

B

A

Part Number Width (A)
Base / Cap 

Width Height (B) Base Height Load Bearing Capacity

COL8X96PSQ 6 1/8" 8" 96" 13 5/8" 12,000#

COL11X96PSQ 8" 10 1/2" 96" 13 3/4" 12,000#

COL11X108PSQ 8" 10 5/8" 108" 12 3/4" 12,000#

NOTE: Installation kit included.
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Lamp Post 
Non-Structural / Decorative

Timber Column 
Structural / Stainable

Part Number Diameter (A) Height (B) Overall Width Load Bearing Capacity

 
COL8X96SPN
Column Shaft

8" 96" — 12,000#

 
CC8SPN
Deco Cap

11 3/16" 15 3/4" 16 13/16" —

 
CB8SPN
Deco Base

9 1/4" 7 11/16" 10 7/16" —

Part Number Bottom Width (A) Top Width (B) Height (C) Pipe Diameter

LP5X96 5" 4 1/2" 96" 2 7/8"

LP6X96 5 1/2" 3 1/2" 96" 2 7/8"

B

A

B

C

A

B

C

A

LP5X96 LP5X96LP6X96 LP6X96

NOTE: Installation kit included.

NOTE: Non-structural pipe extends 1 3/4" beyond top of post.

Serpentine Column
Structural

B

A

Part Number Width (A) Height (B)
Load Bearing 

Capacity

PPSQKIT6X108S NEW 7" 108" 12,000#

NOTE: Installation kit included. Column can be field trimmed to various heights 
without losing load rating.
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B

A

Part Number Width (A) Height (B) Projection

HRC15X168ST
Non-Tapered Kit
Kit ships in 4 pieces and creates one half column.  

Order two kits to create a full column.

Kit Contents:
   (1) Cap Half

   (1) Shaft Top Half

   (1) Shaft Bottom Half

   (1) Base Half

15" 167 3/16" 7 1/2"

Stone Half-Round Column
Non-structural / Decorative

B

A

Part Number Width (A) Height (B) Projection

HRCBCC96X12ST
Tapered Kit
Kit ships in 3 pieces and creates one half column. 

Order two kits to create a full column.

Kit Contents:
   (1) Cap Half

   (1) Shaft Half

   (1) Base Half

14 15/16" 110 1/4" 11 3/4"

Stone Half-Round Column
Non-structural / Decorative

Timber Post Wrap
Stainable

Part Number Width (A) Height (B) Thickness (C)

 
PSTWBASE8S
Post Wrap Base
Ships in 2 L-shaped halves

9 5/8" 9" 5/8"

 
PSTWCAP8S
Post Wrap Cap
Ships in 2 L-shaped halves

9 5/8" 7" 5/8"

 
PSTWKIT8X96S
Post Wrap Kit
Ships in 2 pieces
Dimensions are assembled size.

Kit Contents:
   (1) 3-Sided Wrap
   (1) Backer

7 1/2" x 9" 96" 1"

PSTWKIT8X96S

PSTWBASE8S

PSTWCAP8S

A

B C

C

A

A

A
B C

C

PSTBB8X96S

PSTW8X96S
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* Marks denoted by (*) asterisk are owned by third parties.
· Loctite® PL Premium® is owned by Henkel Corporation.
· Sherwin-Williams is owned by Sherwin-Williams Company.

** Always consult the local building code authority to determine suitability of products to meet specific project requirements.

Primer Color Match 
Available at  
Sherwin-Williams

To better service our customers 
nationwide, we have worked with 
Sherwin-Williams* to formulate 
a color and sheen match for our 
factory-applied primer.

Fypon® White:
Resilience™ Exterior Latex
Product # K42W51
Sheen: Flat
Base: Extra White
No colorant needs to be added to 
the formula.

Fypon® Oatmeal:
Resilience™ Exterior Latex
Product # K43W53
Sheen: Satin
Base: Deep Base
Quart and gallon formulas are 
shown below.			 

Quart Formula
W1 – White 4/32, 1/64
B1 – Black 7/32, 1/64, 1/128
R2 – Maroon 4/32
Y3 – Deep Gold 15/32, 1/64, 
1/128

Gallon Formula
W1 – White 18/32
B1 – Black 31/32, 1/128
R2 – Maroon 15/32, 1/64
Y3 – Deep Gold 63/32	

Adhesive & Finishing
A urethane-based adhesive such as Loctite® PL Premium® Construction Adhesive* must be used on 
all joints when installing urethane products. This will minimize the effects of expansion and contraction 
on the product. For additional information on adhesives, detailed installation instructions and finishing 
information, please visit www.fypon.com.

Part Number Description

ADH1
Loctite PL Premium 
Adhesive

(1) 10.2 oz. Cartridge

Loctite® PL Premium® Adhesive

Finishing Touches

Material Comparison

Fypon® Urethane Wood Composite

May Be Placed Against Masonry YES NO NO

Above-Grade Distance Requirement** 0" 8" 6"

Water Absorption NO YES YES

Insect Resistant YES NO NO

Moisture Resistant YES NO NO

Pre-Drilling Required When Edge Nailing NO YES YES

Requires Sanding, Priming & Sealing NO YES YES

Painting (Number of Coats Needed) 1 2 2

Quality Consistent quality, no waste;  
consistent finish Natural variation; must be culled

Versatility** Suitable options for interior or  
exterior application

Different grade of material and finish required for 
outdoor use

A
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Adhesive & Finishing
A urethane-based adhesive such as Loctite® PL Premium® Construction Adhesive* must be used on 
all joints when installing urethane products. This will minimize the effects of expansion and contraction 
on the product. For additional information on adhesives, detailed installation instructions and finishing 
information, please visit www.fypon.com.
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Part Number Page Description

20020 46 DOOR TRIM KIT SMOOTH

A

ADH1 190 ADHESIVE PL PREMIUM CARTRIDGE

AFR10 129 FINIAL ACORN FULL ROUND SMOOTH

AP115 31 PEDIMENT ACORN ADJ SMOOTH

AP56 30 PEDIMENT ACORN SMOOTH

AP61 30 PEDIMENT ACORN SMOOTH

AP667 30 PEDIMENT ACORN SMOOTH

AP86 30 PEDIMENT ACORN SMOOTH

AP91 30 PEDIMENT ACORN SMOOTH

AP98 30 PEDIMENT ACORN SMOOTH

APL5X10 127 APPLIQUE SHELL SMOOTH

APR17X17 127 APPLIQUE SQUARE SMOOTH

APR3X3 127 APPLIQUE SMOOTH

AR23X7ST 58 TRIM ARCHED BLOCK STONE

AR24.625X7ST 58 TRIM ARCHED BLOCK STONE

AR24X11ST 58 TRIM ARCHED BLOCK STONE

AR24X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR24X4ST 58 TRIM ARCHED BLOCK STONE

AR24X9ST 58 TRIM ARCHED BLOCK STONE

AR25X10ST 58 TRIM ARCHED BLOCK STONE

AR25X10X3ST 58 TRIM ARCHED BLOCK STONE

AR28X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR33X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR36X10MC 44 TRIM HALF RND ARCH DECO W/END CAP SMOOTH

AR36X10MFL108 44 TRIM HALF RND ARCH DECO W/FLANK SMOOTH

AR36X10SK 32 PEDIMENT HALF RND SNBST W/T & KEY SMOOTH

AR36X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR36X4M 40 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR36X6F 41 TRIM HALF ROUND ARCH FLAT SMOOTH

AR36X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR37X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR37X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR40X54PSK 32 PEDIMENT HALF RND SNBST W/T & KEY SMOOTH

AR40X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR41X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR48X10MC 44 TRIM HALF RND ARCH DECO W/END CAP SMOOTH

AR48X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR48X4M 40 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR48X6F 41 TRIM HALF ROUND ARCH FLAT SMOOTH

AR48X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR56X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR60X10MC 44 TRIM HALF RND ARCH DECO W/END CAPSMOOTH

AR60X6F 41 TRIM HALF ROUND ARCH FLAT SMOOTH

AR60X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

Part Number Page Description

AR64X10MC 44 TRIM HALF RND ARCH DECO W/END CAP SMOOTH

AR67X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR68X10MC 44 TRIM HALF RND ARCH DECO W/END CAP SMOOTH

AR6C 41 TRIM ARCH END CAP SMOOTH

AR72X23ST 58 TRIM ARCHED BLOCK STONE

AR72X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

AR72X4FET 42 TRIM ELLIPTICAL FLAT SMOOTH

AR72X4M 40 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR72X6F 41 TRIM HALF ROUND ARCH FLAT SMOOTH

AR72X6M 41 TRIM HALF ROUND ARCH DECORATIVE SMOOTH

AR75X4F 40 TRIM HALF ROUND ARCH FLAT SMOOTH

ARCHPLST36X21X4 60 TRIM FLAT BLOCK STONE

ARCHPRST36X21X4 60 TRIM FLAT BLOCK STONE

ARSEG48X3X5F 42 TRIM SEGMENT ARCH SMOOTH

ARSEG54X8X4F 42 TRIM SEGMENT ARCH SMOOTH

ARSEG66X9X4F 42 TRIM SEGMENT ARCH SMOOTH

ARSEG78X11X4F 42 TRIM SEGMENT ARCH SMOOTH

ARSEG78X11X6F 42 TRIM SEGMENT ARCH SMOOTH

ARSEG78X8X5F 42 TRIM SEGMENT ARCH SMOOTH

ARSEGS36X1X5F 42 TRIM SEGMENT ARCH SOLID SMOOTH

ARSEGS72X6X5F 42 TRIM SEGMENT ARCH SOLID SMOOTH

ARTD28X9X3ST 58 TRIM ARCHED BLOCK STONE

B

B10X13 129, 178 NEWEL POST BALL SMOOTH

B12X16 129 FINIAL BALL SMOOTH

B3X4 129 FINIAL BALL SMOOTH

B3X5 129 FINIAL BALL SMOOTH

B4X6 129 FINIAL BALL SMOOTH

B5X7 129, 178 NEWEL POST BALL SMOOTH

B6X8 129 FINIAL BALL SMOOTH

B6X9 129 FINIAL BALL SMOOTH

B7X9 129 FINIAL BALL SMOOTH

B8X10 129 FINIAL BALL SMOOTH

BAL2.5X15AY 169 BALUSTER ASHLEY SMOOTH

BAL2X10AY 169 BALUSTER ASHLEY SMOOTH

BAL2X16SQ 172 BALUSTER SQUARE SMOOTH

BAL2X20SQ 172 BALUSTER SQUARE SMOOTH

BAL2X24SQ 172 BALUSTER SQUARE SMOOTH

BAL2X28SQ 172 BALUSTER SQUARE SMOOTH

BAL2X32SQ 172 BALUSTER SQUARE SMOOTH

BAL2X48SQ 172 BALUSTER SQUARE SMOOTH

BAL3X18LN 171 BALUSTER LOGAN SMOOTH

BAL3X18LNOB 171 BALUSTER LOGAN SMOOTH

BAL3X18WF 173 BALUSTER WOODRUFF SMOOTH

BAL3X20AY 169 BALUSTER ASHLEY SMOOTH
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BAL3X20CC 170 BALUSTER CLASSIC SMOOTH

BAL3X20LN 171 BALUSTER LOGAN SMOOTH

BAL3X20WF 173 BALUSTER WOODRUFF SMOOTH

BAL3X20WFOB 173 BALUSTER WOODRUFF SMOOTH

BAL3X24AY 169 BALUSTER ASHLEY SMOOTH

BAL3X24CC 170 BALUSTER CLASSIC SMOOTH

BAL3X24LN 171 BALUSTER LOGAN SMOOTH

BAL3X24RL 171 BALUSTER ROSEDALE SMOOTH

BAL3X24WF 173 BALUSTER WOODRUFF SMOOTH

BAL3X28AY 169 BALUSTER ASHLEY SMOOTH

BAL3X28CC 170 BALUSTER CLASSIC SMOOTH

BAL3X28LN 171 BALUSTER LOGAN SMOOTH

BAL3X28WF 173 BALUSTER WOODRUFF SMOOTH

BAL3X32AY 169 BALUSTER ASHLEY SMOOTH

BAL3X32CC 170 BALUSTER CLASSIC SMOOTH

BAL3X32LN 171 BALUSTER LOGAN SMOOTH

BAL3X32WF 173 BALUSTER WOODRUFF SMOOTH

BAL3X36AY 169 BALUSTER ASHLEY SMOOTH

BAL3X36LN 171 BALUSTER LOGAN SMOOTH

BAL3X36WF 173 BALUSTER WOODRUFF SMOOTH

BAL4X22BE 172 BALUSTER BEAUMONT SMOOTH

BAL4X24AY 169 BALUSTER ASHLEY SMOOTH

BAL4X24LN 171 BALUSTER LOGAN SMOOTH

BAL4X27CCOB 170 BALUSTER CLASSIC SMOOTH

BAL4X31CCOB 170 BALUSTER CLASSIC SMOOTH

BAL5X16RL 171 BALUSTER ROSEDALE SMOOTH

BAL5X19BE 172 BALUSTER BEAUMONT SMOOTH

BAL5X20AY 169 BALUSTER ASHLEY SMOOTH

BAL5X20CC 170 BALUSTER CLASSIC SMOOTH

BAL5X20RL 171 BALUSTER ROSEDALE SMOOTH

BAL5X20RLOB 171 BALUSTER ROSEDALE SMOOTH

BAL5X20WF 173 BALUSTER WOODRUFF SMOOTH

BAL5X22BE 172 BALUSTER BEAUMONT SMOOTH

BAL5X24AY 169 BALUSTER ASHLEY SMOOTH

BAL5X24CC 170 BALUSTER CLASSIC SMOOTH

BAL5X24RL 171 BALUSTER ROSEDALE SMOOTH

BAL5X24RLOB 171 BALUSTER ROSEDALE SMOOTH

BAL5X24WF 173 BALUSTER WOODRUFF SMOOTH

BAL5X28AY 169 BALUSTER ASHLEY SMOOTH

BAL5X28CC 170 BALUSTER CLASSIC SMOOTH

BAL5X28CCOB 170 BALUSTER CLASSIC SMOOTH

BAL5X28EUST 180 BALUSTER EURO STONE

BAL5X28RL 171 BALUSTER ROSEDALE SMOOTH

BAL5X28SQ 172 BALUSTER SQUARE SMOOTH

Part Number Page Description

BAL5X28WF 173 BALUSTER WOODRUFF SMOOTH

BAL5X30CC 170 BALUSTER CLASSIC SMOOTH

BAL5X31BE 172 BALUSTER BEAUMONT SMOOTH

BAL5X31LN 171 BALUSTER LOGAN SMOOTH

BAL5X31LNOB 171 BALUSTER LOGAN SMOOTH

BAL5X32AY 169 BALUSTER ASHLEY SMOOTH

BAL5X32CC 170 BALUSTER CLASSIC SMOOTH

BAL5X32WF 173 BALUSTER WOODRUFF SMOOTH

BAL5X34BE 172 BALUSTER BEAUMONT SMOOTH

BAL6X22BE 172 BALUSTER BEAUMONT SMOOTH

BAL6X24AY 169 BALUSTER ASHLEY SMOOTH

BAL6X24WF 173 BALUSTER WOODRUFF SMOOTH

BAL6X28WF 173 BALUSTER WOODRUFF SMOOTH

BAL7X24CC 170 BALUSTER CLASSIC SMOOTH

BAL7X25RL 171 BALUSTER ROSEDALE SMOOTH

BAL7X28CC 170 BALUSTER CLASSIC SMOOTH

BAL7X28CCOB 170 BALUSTER CLASSIC SMOOTH

BAL7X28RL 171 BALUSTER ROSEDALE SMOOTH

BBR12X120 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR12X144 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR12X96 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR5X144 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR5X96 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR6X120ST 180 BALUSTER STRAIGHT BOTTOM RAIL STONE

BBR6X96ST 180 BALUSTER STRAIGHT BOTTOM RAIL STONE

BBR7X120 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR7X144 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBR7X96 174 BALUSTER STRAIGHT BOTTOM RAIL SMOOTH

BBRR5X60 175 BALUSTER RADIUS BOTTOM RAIL SMOOTH

BKT10X10X9 117 BRACKET SMOOTH

BKT10X11 110 BRACKET SMOOTH

BKT10X12 107 BRACKET SMOOTH

BKT10X12X4 110 BRACKET SMOOTH

BKT10X16 105 BRACKET SMOOTH

BKT10X16X4 102 BRACKET SMOOTH

BKT10X6X8S 137 SP-BRACKET WOODGRAIN

BKT11X11 106 BRACKET SMOOTH

BKT11X12X3 108 BRACKET SMOOTH

BKT11X13X6S 138 BRACKET WOODGRAIN

BKT11X15 105 BRACKET SMOOTH

BKT11X16 112 BRACKET SMOOTH

BKT11X17 105 BRACKET SMOOTH

BKT11X20 103 BRACKET SMOOTH

BKT11X20X8 115 BRACKET SMOOTH

BKT11X30 113 BRACKET SMOOTH
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BKT12X10 112 BRACKET SMOOTH

BKT12X12 106 BRACKET SMOOTH

BKT12X12GP 106 BRACKET SMOOTH

BKT12X12WW 106 BRACKET SMOOTH

BKT12X12X3 106 BRACKET SMOOTH

BKT12X12X4 102 BRACKET SMOOTH

BKT12X12X4-7S 138 BRACKET WOODGRAIN

BKT12X16 102 BRACKET SMOOTH

BKT12X17 105 BRACKET SMOOTH

BKT12X18X3X1S 135 BRACKET WOODGRAIN

BKT12X18X6S 139 SP-BRACKETS WOODGRAIN

BKT12X20X3S 135 BRACKET WOODGRAIN

BKT12X21X3 107 BRACKET SMOOTH

BKT12X24X3 103 BRACKET SMOOTH

BKT12X24X3S 136 BRACKET WOODGRAIN

BKT13X13 107 BRACKET SMOOTH

BKT13X13X3 110 BRACKET SMOOTH

BKT13X15 108 BRACKET SMOOTH

BKT13X18X8S 135 SP-BRACKET WOODGRAIN

BKT13X6 118 BRACKET SMOOTH

BKT13X7 113 BRACKET SMOOTH

BKT14X12 106 BRACKET SMOOTH

BKT14X12X6S 138 SP-CORBEL WOODGRAIN

BKT14X14 108 BRACKET SMOOTH

BKT14X15 107 BRACKET SMOOTH

BKT14X16 110 BRACKET SMOOTH

BKT14X16X3.5S 135 BRACKET WOODGRAIN

BKT14X16X4 102 BRACKET SMOOTH

BKT14X30X7.5S 136 BRACKET WOODGRAIN

BKT14X30X8 113 BRACKET SMOOTH

BKT15X15 109 BRACKET SMOOTH

BKT15X18X6 104 SP-BRACKET SMOOTH

BKT15X19 105 BRACKET SMOOTH

BKT15X28 113 BRACKET SMOOTH

BKT16X16 102 BRACKET SMOOTH

BKT16X16X2 107 BRACKET SMOOTH

BKT16X16X3 107 BRACKET SMOOTH

BKT16X18X3 102 BRACKET SMOOTH

BKT16X18X4S 136 BRACKET WOODGRAIN

BKT16X23X3 108 BRACKET SMOOTH

BKT16X32X4S 136 BRACKET WOODGRAIN

BKT16X9 114 BRACKET SMOOTH

BKT17X17 102 BRACKET SMOOTH

BKT18X10 112 BRACKET SMOOTH

BKT18X18X3X1S 135 BRACKET WOODGRAIN

Part Number Page Description

BKT18X18X4 102 BRACKET SMOOTH

BKT18X19 107 BRACKET SMOOTH

BKT18X20X3S 135 BRACKET WOODGRAIN

BKT18X24 108 BRACKET SMOOTH

BKT18X24X3 111 BRACKET SMOOTH

BKT18X24X3X2S 135 SP-BRACKETS WOODGRAIN

BKT18X24X4 103 BRACKET SMOOTH

BKT18X30X4 103 BRACKET SMOOTH

BKT18X35 115 BRACKET SMOOTH

BKT18X9X3S 141 BRACKET WOODGRAIN

BKT19X20 107 BRACKET SMOOTH

BKT19X24X4 104 BRACKET SMOOTH

BKT19X31 104 BRACKET SMOOTH

BKT19X36X4 104 BRACKET SMOOTH

BKT19X8 113 BRACKET SMOOTH

BKT20X24X5 104 BRACKET SMOOTH

BKT20X30X6 103 BRACKET SMOOTH

BKT20X35 115 BRACKET SMOOTH

BKT21X20X6S 135 BRACKET WOODGRAIN

BKT22.5X27.5X5.5S 135 SP-BRACKETS  WOODGRAIN

BKT22X21 106 BRACKET SMOOTH

BKT22X21X1 108 BRACKET SMOOTH

BKT22X22 109 BRACKET SMOOTH

BKT22X24X4S 136 BRACKET WOODGRAIN

BKT22X26 111 BRACKET SMOOTH

BKT22X30 106 BRACKET SMOOTH

BKT22X30X6S 136 BRACKET WOODGRAIN

BKT22X30X8S 136 BRACKET WOODGRAIN

BKT23X25 108 BRACKET SMOOTH

BKT24X12 114 BRACKET SMOOTH

BKT24X18X4S 135 BRACKET WOODGRAIN

BKT24X24X12 111 BRACKET SMOOTH

BKT24X24X5 106 BRACKET SMOOTH

BKT24X36 104 BRACKET SMOOTH

BKT25X25 104 BRACKET SMOOTH

BKT25X27 103 BRACKET SMOOTH

BKT25X36 115 BRACKET SMOOTH

BKT26X28 109 BRACKET SMOOTH

BKT28X30 104 BRACKET SMOOTH

BKT28X32X4S 136 BRACKET WOODGRAIN

BKT2X10 114 BRACKET SMOOTH

BKT30X30 104 BRACKET SMOOTH

BKT30X30X7 106 BRACKET SMOOTH

BKT30X30X8 108 BRACKET SMOOTH

BKT31X30X5 104 BRACKET SMOOTH
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BKT32X31X5 125 TRELLIS OUTLOOKER SMOOTH

BKT32X31X5S 144 TRELLIS OUTLOOKER WOODGRAIN

BKT32X32 103 BRACKET SMOOTH

BKT35X9 105 BRACKET SMOOTH

BKT36X36 104 BRACKET SMOOTH

BKT36X36X4 103 BRACKET SMOOTH

BKT36X36X6 103 BRACKET SMOOTH

BKT36X42 105 BRACKET SMOOTH

BKT36X7X8S 140 BRACKET WOODGRAIN

BKT3X5 112 BRACKET SMOOTH

BKT40X40 103 BRACKET SMOOTH

BKT4X18X4 113 BRACKET SMOOTH

BKT4X8S 141 BRACKET WOODGRAIN

BKT5X10S 138 BRACKET WOODGRAIN

BKT5X20 111 BRACKET SMOOTH

BKT5X5S 137 BRACKET WOODGRAIN

BKT5X5X3S 137 BRACKET WOODGRAIN

BKT5X8 105 BRACKET SMOOTH

BKT5X8X6 118 BRACKET SMOOTH

BKT6X10X1 110 BRACKET SMOOTH

BKT6X24 111 BRACKET SMOOTH

BKT6X24X6 113 BRACKET SMOOTH

BKT6X8 109 BRACKET SMOOTH

BKT7X10 105 BRACKET SMOOTH

BKT7X10X2 106 BRACKET SMOOTH

BKT7X11X3 110 BRACKET SMOOTH

BKT7X12X4 110 BRACKET SMOOTH

BKT7X13X7S 140 BRACKET WOODGRAIN

BKT7X16 114 BRACKET SMOOTH

BKT7X18 114 BRACKET SMOOTH

BKT7X5 113 BRACKET SMOOTH

BKT7X8 105 BRACKET SMOOTH

BKT8X13 110 BRACKET SMOOTH

BKT8X15 112 BRACKET SMOOTH

BKT8X17 114 BRACKET SMOOTH

BKT8X18 107 BRACKET SMOOTH

BKT8X29X4 109 BRACKET SMOOTH

BKT8X8 109 BRACKET SMOOTH

BKT8X8X4 119 BRACKET SMOOTH

BKT8X8X6S 137 SP-BRACKET WOODGRAIN

BKT9X11 102 BRACKET SMOOTH

BKT9X12 112 BRACKET SMOOTH

BKT9X13 105 BRACKET SMOOTH

BKT9X15 112 BRACKET SMOOTH

Part Number Page Description

BKTCV18X24X4S 136 KNEE BRACE WOODGRAIN

BKTCV18X24X6S 136 KNEE BRACE WOODGRAIN

BKTCV21X30X4S 136 KNEE BRACE WOODGRAIN

BKTCV21X30X6S 136 KNEE BRACE WOODGRAIN

BKTS18X24X6S 136 KNEE BRACE WOODGRAIN

BKTSC18X24X3S 136 KNEE BRACE WOODGRAIN

BM4X5X192 131 BEAM SMOOTH

BMCDR4X3X168S 145 BEAM MILLED WOODGRAIN

BMCDR8X6X168S 145 BEAM MILLED WOODGRAIN

BMCRT25X12X6S 143 RAFTER TAIL CHAMFERED WOODGRAIN

BMD4X8X144 125 TRELLIS BEAM SMOOTH

BMD4X8X144S 144 TRELLIS BEAM WOODGRAIN

BMD4X8X48 125 TRELLIS BEAM SMOOTH

BMD4X8X48S 144 TRELLIS BEAM WOODGRAIN

BMM10X15X234S 145 BEAM MESA WOODGRAIN

BMM6X8X144S 145 BEAM MESA WOODGRAIN

BMM6X8X234S 145 BEAM MESA WOODGRAIN

BMM8X10X234S 145 BEAM MESA WOODGRAIN

BMRTA10X5X45S 143 RAFTER TAIL CHMFRD WOODGRAIN

BMRTBN8X4X15S 142 RAFTER TAIL BULLNOSE WOODGRAIN

BMRTBN8X4X30S 142 RAFTER TAIL BULLNOSE WOODGRAIN

BMRTDE6X3X32S 142 SP-RAFTER TAIL WOODGRAIN

BMRTDE6X4X36S 142 SP-RAFTER TAIL WOODGRAIN

BMRTDE8X3X36S 142 SP-RAFTER TAIL WOODGRAIN

BMRTDE8X4X40S 142 SP-BRACKETS WOODGRAIN

BMRTDE9X3X32S 142 SP-RAFTER TAIL WOODGRAIN

BMRTDE9X4X36S 142 SP-RAFTER TAIL WOODGRAIN

BMRTS4X4X24S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS6X4X12S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS6X4X24S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS6X6X12S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS6X6X24S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS8X4X12S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS8X4X24S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMRTS8X6X24S 142 RAFTER TAIL STRAIGHT WOODGRAIN

BMST3X8X216S 145 BEAM CEDAR SOLID WOODGRAIN

BMSTRPM10X15 146 BEAM BEAM STRAP MESA SMOOTH

BMSTRPM6X8 146 BEAM BEAM STRAP MESA SMOOTH

BMSTRPM8X10 146 BEAM BEAM STRAP MESA SMOOTH

BMSTRPT8X10 146 BEAM BEAM STRAP TAHOE HAMMERED

BMT8X10X234S 145 BEAM TAHOE WOODGRAIN

BRK12 175 BALUSTER RAIL INSTALL KIT

BRK12ANGLBKT 175 BALUSTER RAIL INSTALL KIT

BRK5 175 BALUSTER RAIL INSTALL KIT
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BRK6-7 175, 181 BALUSTER RAIL INSTALL KIT

BTR12X120 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR12X144 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR12X96 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR5X144 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR5X96 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR6X120ST 180 BALUSTER STRAIGHT TOP RAIL STONE

BTR6X96ST 180 BALUSTER STRAIGHT TOP RAIL STONE

BTR7X120 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR7X144 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTR7X96 174 BALUSTER STRAIGHT TOP RAIL SMOOTH

BTRR5X60 175 BALUSTER RADIUS TOP RAIL SMOOTH

C

CAP47E 28 PEDIMENT COMBO ECO ACORN SMOOTH

CAP50 28 PEDIMENT COMBO ACORN SMOOTH

CAP50BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP54 28 PEDIMENT COMBO ACORN SMOOTH

CAP54BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP58 28 PEDIMENT COMBO ACORN SMOOTH

CAP58BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP67 28 PEDIMENT COMBO ACORN SMOOTH

CAP67BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP75 28 PEDIMENT COMBO ACORN SMOOTH

CAP75BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP80 28 PEDIMENT COMBO ACORN SMOOTH

CAP80BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CAP85 28 PEDIMENT COMBO ACORN SMOOTH

CAP85BT 28 PEDIMENT COMBO ACORN W/BT SMOOTH

CB8SPN 188 COLUMN BASE SERPENTINE SMOOTH

CC8SPN 188 COLUMN CAP SERPENTINE SMOOTH

CCA100X10 21 CROSSHEAD SMOOTH

CCA100X10D 21 CROSSHEAD W/DT SMOOTH

CCA100X10K 21 CROSSHEAD W/KEY SMOOTH

CCA100X10T 21 CROSSHEAD W/TS SMOOTH

CCA100X11BT 21 CROSSHEAD W/BT SMOOTH

CCA106X10 21 CROSSHEAD SMOOTH

CCA106X10D 21 CROSSHEAD W/DT SMOOTH

CCA106X10K 21 CROSSHEAD W/KEY SMOOTH

CCA106X10T 21 CROSSHEAD W/TS SMOOTH

CCA106X11BT 21 CROSSHEAD W/BT SMOOTH

CCA199X10 21 CROSSHEAD SMOOTH

CCA199X10D 21 CROSSHEAD W/DT SMOOTH

CCA199X10K 21 CROSSHEAD W/KEY SMOOTH

CCA199X10T 21 CROSSHEAD W/TS SMOOTH

Part Number Page Description

CCA199X11BT 21 CROSSHEAD W/BT SMOOTH

CCA200X10 21 CROSSHEAD SMOOTH

CCA200X10D 21 CROSSHEAD W/DT SMOOTH

CCA200X10K 21 CROSSHEAD W/KEY SMOOTH

CCA200X10T 21 CROSSHEAD W/TS SMOOTH

CCA200X11BT 21 CROSSHEAD W/BT SMOOTH

CCA32X10 21 CROSSHEAD SMOOTH

CCA32X10D 21 CROSSHEAD W/DT SMOOTH

CCA32X10K 21 CROSSHEAD W/KEY SMOOTH

CCA32X10T 21 CROSSHEAD W/TS SMOOTH

CCA32X11BT 21 CROSSHEAD W/BT SMOOTH

CCA33X8 21 CROSSHEAD SMOOTH

CCA33X8D 21 CROSSHEAD W/DT SMOOTH

CCA33X8T 21 CROSSHEAD W/TS SMOOTH

CCA33X9BT 21 CROSSHEAD W/BT SMOOTH

CCA34X10 21 CROSSHEAD SMOOTH

CCA34X10D 21 CROSSHEAD W/DT SMOOTH

CCA34X10K 21 CROSSHEAD W/KEY SMOOTH

CCA34X10T 21 CROSSHEAD W/TS SMOOTH

CCA34X11BT 21 CROSSHEAD W/BT SMOOTH

CCA36X10 21 CROSSHEAD SMOOTH

CCA36X10D 21 CROSSHEAD W/DT SMOOTH

CCA36X10K 21 CROSSHEAD SMOOTH

CCA36X10T 21 CROSSHEAD W/TS SMOOTH

CCA36X11BT 21 CROSSHEAD W/BT SMOOTH

CCA40X10 21 CROSSHEAD SMOOTH

CCA40X10D 21 CROSSHEAD W/DT SMOOTH

CCA40X10K 21 CROSSHEAD W/KEY SMOOTH

CCA40X10T 21 CROSSHEAD W/TS SMOOTH

CCA40X11BT 21 CROSSHEAD W/BT SMOOTH

CCA40X8 21 CROSSHEAD SMOOTH

CCA40X8D 21 CROSSHEAD W/DT SMOOTH

CCA40X8T 21 CROSSHEAD W/TS SMOOTH

CCA40X9BT 21 CROSSHEAD W/BT SMOOTH

CCA47X10 21 CROSSHEAD SMOOTH

CCA47X10D 21 CROSSHEAD W/DT SMOOTH

CCA47X10K 21 CROSSHEAD W/KEY SMOOTH

CCA47X10T 21 CROSSHEAD W/TS SMOOTH

CCA47X11BT 21 CROSSHEAD W/BT SMOOTH

CCA52X10 21 CROSSHEAD SMOOTH

CCA52X10D 21 CROSSHEAD W/DT SMOOTH

CCA52X10K 21 CROSSHEAD W/KEY SMOOTH

CCA52X10T 21 CROSSHEAD W/TS SMOOTH

CCA52X11BT 21 CROSSHEAD W/BT SMOOTH



www.fypon.com          196

In
d

e
x

Part Number Page Description

CCA64X10 21 CROSSHEAD SMOOTH

CCA64X10D 21 CROSSHEAD W/DT SMOOTH

CCA64X10K 21 CROSSHEAD W/KEY SMOOTH

CCA64X10T 21 CROSSHEAD W/TS SMOOTH

CCA64X11BT 21 CROSSHEAD W/BT SMOOTH

CCA72X10 21 CROSSHEAD SMOOTH

CCA72X10D 21 CROSSHEAD W/DT SMOOTH

CCA72X10K 21 CROSSHEAD SMOOTH

CCA72X10T 21 CROSSHEAD W/TS SMOOTH

CCA72X11BT 21 CROSSHEAD W/BT SMOOTH

CCB101X8 22 CROSSHEAD W/TS SMOOTH

CCB101X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB101X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB198X8 22 CROSSHEAD W/TS SMOOTH

CCB198X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB198X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB24X8 22 SP-CROSSHEAD W/TS SMOOTH

CCB24X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB24X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB32X8 22 CROSSHEAD W/TS SMOOTH

CCB32X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB32X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB36X8 22 CROSSHEAD W/TS SMOOTH

CCB36X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB36X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB40X8 22 CROSSHEAD W/TS SMOOTH

CCB40X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB40X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCB64X8 22 CROSSHEAD W/TS SMOOTH

CCB64X8K 22 CROSSHEAD W/TS & KEY SMOOTH

CCB64X9BT 22 CROSSHEAD W/TS & BT SMOOTH

CCC82X13 22 CROSSHEAD W/DT & TS SMOOTH

CCP37 29 PEDIMENT COMBO PEAKED CAP SMOOTH

CCP37BT 29 PEDIMENT COMBO PEAKED W/BT SMOOTH

CHA204X8BT 22 CROSSHEAD CRAFTSMAN W/BT SMOOTH

CHA48X8BT 22 CROSSHEAD CRAFTSMAN W/BT SMOOTH

CIR24X4F 43 TRIM CIRCLE SMOOTH

CIR36X4F 43 TRIM CIRCLE SMOOTH

CLV12X18 150 CATHEDRAL LOUVER DECO SMOOTH

CLV12X24 150 CATHEDRAL LOUVER DECO SMOOTH

CLV14X18S 165 CATHEDRAL LOUVER DECO WOODGRAIN

CLV14X22 150 CATHEDRAL LOUVER DECO SMOOTH

CLV16X36 150 CATHEDRAL LOUVER DECO SMOOTH

CLV18X24 150 CATHEDRAL LOUVER DECO SMOOTH

Part Number Page Description

CLV18X30 150 CATHEDRAL LOUVER DECO SMOOTH

CLV18X30X4F 150 TRIM CATHEDRAL LOUVER SMOOTH

CLV18X54 150 CATHEDRAL LOUVER DECO SMOOTH

CLV18X54X4F 150 TRIM CATHEDRAL LOUVER SMOOTH

CLV22X31 150 CATHEDRAL LOUVER DECO SMOOTH

CLV22X31S 165 CATHEDRAL LOUVER DECO WOODGRAIN

CLV22X31X4F 150 TRIM CATHEDRAL LOUVER SMOOTH

CLV22X31X4FA 150 TRIM CATHEDRAL LOUVER SMOOTH

CLV22X31X6F 150 TRIM CATHEDRAL LOUVER SMOOTH

CLV24X48 150 CATHEDRAL LOUVER DECO SMOOTH

CLV28X43 150 CATHEDRAL LOUVER DECO SMOOTH

CLV36X48 150 CATHEDRAL LOUVER DECO SMOOTH

CM13EA 130 CEILING MEDALLION 1PC EATON SMOOTH

CM14BL 130 CEILING MEDALLION 1PC BELMONT SMOOTH

CM15BM 130 CEILING MEDALLION 1PC BEAUMONT SMOOTH

CM16AT 130 CEILING MEDALLION 1PC ATLANTA SMOOTH

CM16FL 130 CEILING MEDALLION 1PC FLORENTINE SMOOTH

CM16FL2 131 CEILING MEDALLION 2PC FLOR SMOOTH

CM16JE 130 CEILING MEDALLION 1PC JEFFERSON SMOOTH

CM16JE2 131 CEILING MEDALLION 2PC JEFFERSON SMOOTH

CM16TL 130 CEILING MEDALLION 1PC TRADITIONAL SMOOTH

CM19WI 130 CEILING MEDALLION 1PC WINDSOR SMOOTH

CM24GL 130 CEILING MEDALLION 1PC GRAPELEAF SMOOTH

CM24RE 130 CEILING MEDALLION 1PC REECE SMOOTH

CM24RN 130 CEILING MEDALLION 1PC RANDOLPH SMOOTH

CM30AL 130 CEILING MEDALLION 1PC ACAN. LEAF SMOOTH

CM31WI 130 CEILING MEDALLION 1PC WINDSOR SMOOTH

CM32RO2 131 CEILING MEDALLION 2PC ROCHELLE SMOOTH

CM32SG 130 CEILING MEDALLION 1PC STGEORGES SMOOTH

CM36NI 130 CEILING MEDALLION 1PC NICHOLAS SMOOTH

CM38SY 130 CEILING MEDALLION 1PC SYMETTRIA SMOOTH

CM67WT 130 CEILING MEDALLION 1PC WHITNEY SMOOTH

CM74SF 130 CEILING MEDALLION 1PC SUFFOLK SMOOTH

CN6X6 134 TILE VENT WOODGRAIN

COL11X108FSQ 186 COLUMN SQUARE FLUTED SMOOTH

COL11X108PSQ 187 COLUMN SQUARE PLAIN SMOOTH

COL11X96FSQ 186 COLUMN SQUARE FLUTED SMOOTH

COL11X96PSQ 187 COLUMN SQUARE PLAIN SMOOTH

COL8X96FBTSQ 187 COLUMN SQUARE PLAIN SMOOTH

COL8X96FSQ 186 COLUMN SQUARE FLUTED SMOOTH

COL8X96PSQ 187 COLUMN SQUARE PLAIN SMOOTH

COL8X96SPN 188 COLUMN SERPENTINE SMOOTH

COR10X14 114 CORBEL SMOOTH

COR11X20 114 CORBEL SMOOTH
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COR12X16 114 CORBEL SMOOTH

COR14X26 114 CORBEL SMOOTH

COR14X6X8S 141 SP-BRACKETS WOODGRAIN

COR16X10X8S 138 CORBEL WOODGRAIN

COR16X5X3S 140 CORBEL WOODGRAIN

COR16X7X3RX5S 138 CORBEL WOODGRAIN

COR16X7X3S 141 CORBEL WOODGRAIN

COR16X7X5S 141 CORBEL WOODGRAIN

COR16X8S 143 CORBEL WOODGRAIN

COR21X6X12S 139 CORBEL WOODGRAIN

COR22X26 115 CORBEL SMOOTH

COR24X16X4S 141 CORBEL WOODGRAIN

COR24X5X5S 141 CORBEL WOODGRAIN

COR24X6X5S 137 CORBEL WOODGRAIN

COR24X6X6S 139 CORBEL WOODGRAIN

COR24X7X5S 140 CORBEL WOODGRAIN

COR24X8X6S 140 CORBEL WOODGRAIN

COR39X10X5.5S 138 CORBEL WOODGRAIN

COR48X7X5S 140 CORBEL WOODGRAIN

COR5X10 112 CORBEL SMOOTH

COR7X11S 138 CORBEL WOODGRAIN

COR7X15X4S 139 CORBEL WOODGRAIN

COR8X9X4S 143 CORBEL WOODGRAIN

CORA24X16X4S 141 CORBEL WOODGRAIN

CORBN14X10X6S 139 CORBEL WOODGRAIN

CORBN14X8X6S 139 CORBEL WOODGRAIN

CORBN16X8X4S 139 CORBEL WOODGRAIN

CORBN18X12X6S 139 CORBEL WOODGRAIN

CORBN18X6X4S 139 CORBEL WOODGRAIN

CORBN22X10X6S 139 CORBEL WOODGRAIN

CORBN24X6X6S 139 CORBEL WOODGRAIN

CORCV18X10X6S 140 CORBEL WOODGRAIN

CORCV18X12X6S 140 CORBEL WOODGRAIN

CORCV18X6X4S 140 CORBEL WOODGRAIN

CORCV18X6X6S 140 CORBEL WOODGRAIN

CORCV18X8X4S 140 CORBEL WOODGRAIN

CORCV18X8X6S 140 CORBEL WOODGRAIN

COROG15X7S 137 CORBEL WOODGRAIN

COROG16X8X8S 138 SP-CORBEL WOODGRAIN

COROG20X7S 137 CORBEL WOODGRAIN

COROG24X6S 137 CORBEL WOODGRAIN

COROG29X8S 138 CORBEL WOODGRAIN

COROG34X19S 139 CORBEL WOODGRAIN

COROG48X8S 138 CORBEL WOODGRAIN
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COROG8X12S 138 CORBEL WOODGRAIN

COROG8X6X4 116 SP-CORBEL SMOOTH

COROGA15X7S 137 CORBEL WOODGRAIN

COROGD15X7S 137 CORBEL WOODGRAIN

COROGF15X7S 139 CORBEL WOODGRAIN

CPCP48 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP48BT 28 PEDIMENT COMBO PEAKED W/BT SMOOTH

CPCP50 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP50BT 28 PEDIMENT COMBO PEAKED CAP W/BT SMOOTH

CPCP54 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP54BT 28 PEDIMENT COMBO PEAKED W/BT SMOOTH

CPCP58 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP58BT 28 PEDIMENT COMBO PEAKED CAP W/BT SMOOTH

CPCP67 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP67BT 28 PEDIMENT COMBO PEAKED CAP W/BT SMOOTH

CPCP75 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP75BT 28 PEDIMENT COMBO PEAKED CAP W/BT SMOOTH

CPCP80 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP80BT 28 PEDIMENT COMBO PEAKED W/BT SMOOTH

CPCP85 28 PEDIMENT COMBO PEAKED CAP SMOOTH

CPCP85BT 28 PEDIMENT COMBO PEAKED CAP W/BT SMOOTH

CR10MY 131 CEILING ROSETTES SMOOTH

CR5QY 131 CEILING ROSETTES SMOOTH

CR7SY 131 CEILING ROSETTES SMOOTH

CRHP50 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP50BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CRHP54 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP54BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CRHP67 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP67BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CRHP75 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP75BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CRHP80 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP80BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CRHP85 29 PEDIMENT COMBO RAMS HEAD SMOOTH

CRHP85BT 29 PEDIMENT COMBO RAMS HEAD W/BT SMOOTH

CSAP36 30 PEDIMENT COMBO SGMT ARCH SMOOTH

CSAP36BT 30 PEDIMENT COMBO SGMT ARCH W/BT SMOOTH

CSAP38 30 PEDIMENT COMBO SGMT ARCH SMOOTH

CSAP38BT 30 PEDIMENT COMBO SGMT ARCH W/BT SMOOTH

CSAP48 30 PEDIMENT COMBO SGMT ARCH SMOOTH

CSAP48BT 30 PEDIMENT COMBO SGMT ARCH W/BT  SMOOTH

CSAP65 30 PEDIMENT COMBO SGMT ARCH SMOOTH

CSAP65BT 30 PEDIMENT COMBO SGMT ARCH W/BT SMOOTH
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CSAP84 30 PEDIMENT COMBO SGMT ARCH SMOOTH

CSAP84BT 30 PEDIMENT COMBO SGMT ARCH W/BT SMOOTH

CSP50 27 PEDIMENT COMBO SUNBURST SMOOTH

CSP50BT 27 PEDIMENT COMBO SUNBURST W/BT SMOOTH

CSP54 27 PEDIMENT COMBO SUNBURST SMOOTH

CSP54BT 27 PEDIMENT COMBO SUNBURST W/BT SMOOTH

CSP75 27 PEDIMENT COMBO SUNBURST SMOOTH

CSP75BT 27 PEDIMENT COMBO SUNBURST W/BT SMOOTH

CSP80 27 PEDIMENT COMBO SUNBURST SMOOTH

CSP80BT 27 PEDIMENT COMBO SUNBURST W/BT SMOOTH

CSP85 27 PEDIMENT COMBO SUNBURST SMOOTH

CSP85BT 27 PEDIMENT COMBO SUNBURST W/BT SMOOTH

D

DA10X10SQXS 143
SP-APPLIQUE DECORATIVE PANEL SQUARE WOOD-
GRAIN

DA12X12SQXS 143 DECORATIVE PANEL SQUARE WOODGRAIN

DLV24X24 155 DIAMOND LOUVER DECO SMOOTH

DMP44 45 DORMER TRIM SYSTEM PEDIMENT SMOOTH

DMR457-10 45 DORMER TRIM SYSTEM RETURN SMOOTH

DMST7X69 45 DORMER TRIM SYSTEM SIDE TRIM SMOOTH

DOME40 132 TRADITIONAL CEILING DOME SMOOTH

DOME41X54 132 PEMBROKE CEILING DOME SMOOTH

DOME47 132 TAYLOR CEILING DOME SMOOTH

DOME65 132 PEMBROKE CEILING DOME SMOOTH

DOME89 132 TRADITIONAL CEILING DOME SMOOTH

DP28X28CH 126 DECORATIVE PANEL CROSSHATCH SMOOTH

DP28X28SQX 126 DECORATIVE PANEL SQUARE SMOOTH

DSKCRT3068 46 DOOR TRIM KIT SMOOTH

DTLB2X5X6 119 DENTIL BLOCK SMOOTH

DTLB2X8X12 121 DENTIL BLOCK SMOOTH

DTLB3.5X3.5X3.5 120 DENTIL BLOCK SMOOTH

DTLB3.5X3.5X7 120 DENTIL BLOCK SMOOTH

DTLB3.5X5.5X5.5 111 SP-DENTIL BLOCK SMOOTH

DTLB3X3X3 119 DENTIL BLOCK SMOOTH

DTLB3X3X4 115 DENTIL BLOCK SMOOTH

DTLB3X5X6 117 DENTIL BLOCK SMOOTH

DTLB4.5X4X4 120 DENTIL BLOCK SMOOTH

DTLB4X4X4 115 DENTIL BLOCK SMOOTH

DTLB4X4X7 117 DENTIL BLOCK SMOOTH

DTLB4X4X7L12 119 DENTIL BLOCK SMOOTH

DTLB4X4X7L8 119 DENTIL BLOCK SMOOTH

DTLB4X4X7R12 119 DENTIL BLOCK SMOOTH

DTLB4X4X7R8 119 DENTIL BLOCK SMOOTH

DTLB4X4X9 117 DENTIL BLOCK SMOOTH

DTLB4X5X7 115 DENTIL BLOCK SMOOTH

Part Number Page Description

DTLB4X5X8 121 DENTIL BLOCK SMOOTH

DTLB4X6X6 118 DENTIL BLOCK SMOOTH

DTLB4X6X7 116 DENTIL BLOCK SMOOTH

DTLB4X6X9 111 DENTIL BLOCK SMOOTH

DTLB5X4X20 118 DENTIL BLOCK SMOOTH

DTLB5X4X7 116 DENTIL BLOCK SMOOTH

DTLB5X5X3 109 DENTIL BLOCK SMOOTH

DTLB5X5X9 118 DENTIL BLOCK SMOOTH

DTLB5X6X10 121 DENTIL BLOCK SMOOTH

DTLB5X6X11 116 DENTIL BLOCK SMOOTH

DTLB5X6X18 120 DENTIL BLOCK SMOOTH

DTLB5X6X6 120 DENTIL BLOCK SMOOTH

DTLB5X6X8 120 DENTIL BLOCK SMOOTH

DTLB5X8X10 116 DENTIL BLOCK SMOOTH

DTLB6X4X6 116 DENTIL BLOCK SMOOTH

DTLB6X4X6L12 117 DENTIL BLOCK SMOOTH

DTLB6X4X6R12 117 DENTIL BLOCK SMOOTH

DTLB6X5X5 121 DENTIL BLOCK SMOOTH

DTLB6X5X7 117 DENTIL BLOCK SMOOTH

DTLB6X6X5 116 DENTIL BLOCK SMOOTH

DTLB6X6X8 116 DENTIL BLOCK SMOOTH

DTLB6X6X9 118 DENTIL BLOCK SMOOTH

DTLB6X6X9.25 116 DENTIL BLOCK SMOOTH

DTLB6X7X9 118 DENTIL BLOCK SMOOTH

DTLB6X8X6 120 DENTIL BLOCK SMOOTH

DTLB6X9X15 121 DENTIL BLOCK SMOOTH

DTLB6X9X7 121 DENTIL BLOCK SMOOTH

DTLB7X6X12 118 DENTIL BLOCK SMOOTH

DTLB8X6X6 117 DENTIL BLOCK SMOOTH

DTLB8X7X18 119 DENTIL BLOCK SMOOTH

DTLB8X9X14 119 DENTIL BLOCK SMOOTH

DTLB9X11X16 110 DENTIL BLOCK SMOOTH

DTLB9X6X22 118 DENTIL BLOCK SMOOTH

DTLB9X8X8 118 DENTIL BLOCK SMOOTH

DVP40 32 PEDIMENT DLX VICTORIAN SMOOTH

DWH221 46 WINDOW CROSSETTE CROSSHEAD SMOOTH

DWP221 46 WINDOW CROSSETTE PILASTER SMOOTH

DWS221 46 WINDOW CROSSETTE SILL SMOOTH

E

EBLV12X24 151 EYBROW LOUVER DECO SMOOTH

EBLV18X30 151 EYBROW LOUVER DECO SMOOTH

EBLV22X32 151 EYBROW LOUVER DECO SMOOTH

ESWDH76X23 25 PEDIMENT ELLIPTICAL SUNBURST W/TRIM SMOOTH

EV404 96 E-VENT CROWN DENTIL SMOOTH
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EV404B 96 E-VENT BLOCK DENTIL SMOOTH

EV404MI 96 E-VENT INSIDE CORNER DENTIL SMOOTH

EV404MO 96 E-VENT OUTSIDE CORNER DENTIL SMOOTH

EV570 97 E-VENT CROWN COMBO SMOOTH

EV570B 97 E-VENT BLOCK COMBO SMOOTH

EV570MI 97 E-VENT INSIDE CORNER DENTIL SMOOTH

EV570MO 97 E-VENT OUTSIDE CORNER COMBO SMOOTH

EV580 98 E-VENT CROWN MASSIVE SMOOTH

EV580B 98 E-VENT BLOCK MASSIVE SMOOTH

EV580MI 98 E-VENT INSIDE CORNER DENTIL SMOOTH

EV580MO 98 E-VENT OUTSIDE CORNER MASSIVE SMOOTH

EVFB 96, 97, 98 E-VENT FILL BLOCK SMOOTH

F

F100 120 DENTIL BLOCK SMOOTH

FCLV12X18 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV12X24 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV14X18S 165 LOUVER FUNC CATHEDRAL WOODGRAIN

FCLV14X22 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV16X36 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV18X24 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV18X30 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV18X54 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV22X31 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV22X31S 165 LOUVER FUNC CATHEDRAL WOODGRAIN

FCLV24X48 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV28X43 150 LOUVER FUNC CATHEDRAL SMOOTH

FCLV36X48 150 LOUVER FUNC CATHEDRAL SMOOTH

FDLV24X24 155 LOUVER FUNC DIAMOND SMOOTH

FEBLV12X24 151 LOUVER FUNC EYEBROW SMOOTH

FEBLV18X30 151 LOUVER FUNC EYEBROW SMOOTH

FEBLV22X32 151 LOUVER FUNC EYEBROW SMOOTH

FHRLV22X11 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV24X12 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV28X14 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV29-6FKWD 160 LOUVER FUNC HALF ROUND W/DECO T,D,K SMOOTH

FHRLV32X16 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV32X16-4F 153 LOUVER FUNC HALF ROUND W/ FL TRIM SMOOTH

FHRLV36X18 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV36X18-4F 153 LOUVER FUNC HALF ROUND W/ FL TRIM SMOOTH

FHRLV36X18-6F 153 LOUVER FUNC HALF ROUND W/ FL TRIM SMOOTH

FHRLV36X18MTK 160 LOUVER FUNC HALF ROUND W/DECO T,K SMOOTH

FHRLV40X20 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV40X20-6F 153 LOUVER FUNC HALF ROUND W/ FL TRIM SMOOTH

FHRLV42X21 152 LOUVER FUNC HALF ROUND SMOOTH

Part Number Page Description

FHRLV48X24 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV60X30 152 LOUVER FUNC HALF ROUND SMOOTH

FHRLV72X36 152 LOUVER FUNC HALF ROUND SMOOTH

FLBST3X10X24 59 TRIM FLAT BLOCK STONE

FLBST3X10X96 59 TRIM FLAT BLOCK STONE

FLBST3X7X24 59 TRIM FLAT BLOCK STONE

FLBST3X7X96 59 TRIM FLAT BLOCK STONE

FLBST3X9X96 59 TRIM FLAT BLOCK STONE

FLBST4X10X24 59 TRIM FLAT BLOCK STONE

FLBST4X10X96 59 TRIM FLAT BLOCK STONE

FLBST4X7X24 59 TRIM FLAT BLOCK STONE

FLBST4X7X96 59 TRIM FLAT BLOCK STONE

FLBST4X9X24 59 TRIM FLAT BLOCK STONE

FLBST4X9X96 59 TRIM FLAT BLOCK STONE

FLT100-12 76 FLAT TRIM SMOOTH

FLT101-12 76 FLAT TRIM SMOOTH

FLT102-10 76 FLAT TRIM SMOOTH

FLT102-8 76 FLAT TRIM SMOOTH

FLT103-12 76 FLAT TRIM SMOOTH

FLT109-12 76 FLAT TRIM SMOOTH

FLT110-12S 92 FLAT TRIM WOODGRAIN

FLT110-16 76 FLAT TRIM SMOOTH

FLT111-12S 92 FLAT TRIM WOODGRAIN

FLT113-8 76 FLAT TRIM SMOOTH

FLT118-8 76 FLAT TRIM SMOOTH

FLT119-17 77 FLAT TRIM SMOOTH

FLT122-16 76 FLAT TRIM SMOOTH

FLT125-8 77 WINDOW PANEL FLAT SMOOTH

FLT131-16 76 FLAT TRIM SMOOTH

FLT150-12S 92 FLAT TRIM WOODGRAIN

FLT151-12S 92 FLAT TRIM WOODGRAIN

FLT152-12 76 FLAT TRIM SMOOTH

FLT152-16 76 FLAT TRIM SMOOTH

FLT152-8 76 FLAT TRIM SMOOTH

FLT153-12 76 FLAT TRIM SMOOTH

FLT159-12 76 FLAT TRIM SMOOTH

FLT159-16 76 FLAT TRIM SMOOTH

FLT159-8 76 FLAT TRIM SMOOTH

FLT162-14 76 FLAT TRIM SMOOTH

FLT162-6 76 FLAT TRIM SMOOTH

FLT162-8 76 FLAT TRIM SMOOTH

FLT163-16 77 FLAT TRIM SMOOTH

FLT170-12 76 FLAT TRIM SMOOTH

FLT170-16 76 FLAT TRIM SMOOTH
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FLT172-16 77 FLAT TRIM SMOOTH

FLT173-12S 92 FLAT TRIM WOODGRAIN

FLT175-12 77 FLAT TRIM SMOOTH

FLT177-8 76 FLAT TRIM SMOOTH

FLT178-8 76 FLAT TRIM SMOOTH

FLT179-12 77 FLAT TRIM SMOOTH

FLT180-12 77 FLAT TRIM SMOOTH

FLT181-8 76 FLAT TRIM SMOOTH

FLT182-12 77 FLAT TRIM SMOOTH

FLT183-12 77 FLAT TRIM SMOOTH

FLT184-16 77 FLAT TRIM SMOOTH

FLT185-12 77 FLAT TRIM SMOOTH

FLT186-16 76 FLAT TRIM SMOOTH

FLT187-12S 92 FLAT TRIM WOODGRAIN

FLT190-12 77 FLAT TRIM SMOOTH

FLT192-12S 92 FLAT TRIM WOODGRAIN

FLT194-10 77 FLAT TRIM SMOOTH

FLT197-12S 92 FLAT TRIM WOODGRAIN

FLT30X228X1S 92 FLAT TRIM WOODGRAIN

FLT40X96 44, 77 WINDOW PANEL FLAT SMOOTH

FLTBA36X3X3 125 TRELLIS LATTICE SMOOTH

FLTBA36X3X3S 144 TRELLIS LATTICE WOODGRAIN

FLV12X18 156 LOUVER FUNC RECT VERT SMOOTH

FLV12X18S 165 LOUVER FUNC RECT  VERT WOODGRAIN

FLV12X24 156 LOUVER FUNC RECT VERT SMOOTH

FLV12X24S 165 LOUVER FUNC RECT  VERT WOODGRAIN

FLV12X30 156 LOUVER FUNC RECT VERT SMOOTH

FLV12X36 156 LOUVER FUNC RECT VERT SMOOTH

FLV12X40 156 LOUVER FUNC RECT VERT SMOOTH

FLV14X18S 165 LOUVER FUNC RECT  VERT WOODGRAIN

FLV14X27 156 LOUVER FUNC RECT VERT SMOOTH

FLV14X30 156 LOUVER FUNC RECT VERT SMOOTH

FLV14X32 156 LOUVER FUNC RECT VERT SMOOTH

FLV16X24 156 LOUVER FUNC RECT VERT SMOOTH

FLV16X24S 165 LOUVER FUNC RECT  VERT WOODGRAIN

FLV16X36 156 LOUVER FUNC RECT VERT SMOOTH

FLV18X24 156 LOUVER FUNC RECT VERT SMOOTH

FLV18X24-4F6WCH 157 LOUVER FUNC RECT VERT W/TRIM & CRSHD SMOOTH

FLV18X24S 165 LOUVER FUNC RECT  VERT WOODGRAIN

FLV18X30 156 LOUVER FUNC RECT VERT SMOOTH

FLV18X36 156 LOUVER FUNC RECT VERT SMOOTH

FLV18X42 156 LOUVER FUNC RECT VERT SMOOTH

FLV20X28 156 LOUVER FUNC RECT VERT SMOOTH

FLV20X30S 165 LOUVER FUNC RECT VERT WOODGRAIN

Part Number Page Description

FLV24X24 156 LOUVER FUNC RECT VERT SMOOTH

FLV24X30 156 LOUVER FUNC RECT VERT SMOOTH

FLV24X36 156 LOUVER FUNC RECT VERT SMOOTH

FLV24X48 156 LOUVER FUNC RECT VERT SMOOTH

FLV27X17 158 LOUVER FUNC RECT VERT SMOOTH

FLV30X42 156 LOUVER FUNC RECT VERT SMOOTH

FLV32X16 158 LOUVER FUNC RECT VERT SMOOTH

FLV8X15 156 LOUVER FUNC RECT VERT SMOOTH

FLV8X24 156 LOUVER FUNC RECT VERT SMOOTH

FLV8X30 156 LOUVER FUNC RECT VERT SMOOTH

FLVNS18X24 157 LOUVER FUNC RECT VERT NO SILL SMOOTH

FM8X12X2 127 FIXTURE MOUNT SMOOTH

FM8X12X2S 143 FIXTURE MOUNT WOODGRAIN

FMS8X8X2 127 FIXTURE MOUNT SMOOTH

FMS8X8X2S 143 FIXTURE MOUNT WOODGRAIN

FMS8X8X2W 143 FIXTURE MOUNT WOODGRAIN

FOLV18 155 LOUVER FUNC OCTAGON SMOOTH

FOLV22 155 LOUVER FUNC OCTAGON SMOOTH

FOLV24 155 LOUVER FUNC OCTAGON SMOOTH

FOLV28 155 LOUVER FUNC OCTAGON SMOOTH

FOLV30 155 LOUVER FUNC OCTAGON SMOOTH

FOVL28X35K215V 161 LOUVER FUNC OVAL VERT W/ DC TRIM & KEY SMOOTH

FOVL35X28K215 160
LOUVER FUNC OVAL HORZ W/ DC TRIM & KEY 
SMOOTH

FOVLV12X24V 153 LOUVER FUNC OVAL VERT SMOOTH

FOVLV18X24V 153 LOUVER FUNC OVAL VERT SMOOTH

FOVLV20X29VTK 161 LOUVER FUNC OVAL VERT W/ FL TRIM & KEY SMOOTH

FOVLV25X37V 153 LOUVER FUNC OVAL VERT SMOOTH

FOVLV29X20TK 161 LOUVER FUNC OVAL HORZ W/TRIM & KEY SMOOTH

FOVLV37X25H 153 LOUVER FUNC OVAL HORZ SMOOTH

FP12X96 39 FLUTED PANEL TRIM SMOOTH

FP9X168 39 FLUTED PANEL TRIM SMOOTH

FPLV18X24-8 151 LOUVER FUNC PEAKED SMOOTH

FPLV18X30-9 151 LOUVER FUNC PEAKED SMOOTH

FPLV18X36-10 151 LOUVER FUNC PEAKED SMOOTH

FPLV24X30-10 151 LOUVER FUNC PEAKED SMOOTH

FPLV24X36-10 151 LOUVER FUNC PEAKED SMOOTH

FPLV24X36-12 151 LOUVER FUNC PEAKED SMOOTH

FPLV24X36-8 151 LOUVER FUNC PEAKED SMOOTH

FPRLV27 162 LOUVER FUNC ROUND PLAIN SMOOTH

FQLLV24 164 LOUVER FUNC LEFT QTR ROUND SMOOTH

FQRLV24 164 LOUVER FUNC RIGHT QTR ROUND SMOOTH

FRLV12 154 LOUVER FUNC ROUND SMOOTH

FRLV16 154 LOUVER FUNC ROUND SMOOTH

FRLV16MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH
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FRLV18 154 LOUVER FUNC ROUND SMOOTH

FRLV18MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV18S 165 LOUVER FUNC ROUND WOODGRAIN

FRLV22 154 LOUVER FUNC ROUND SMOOTH

FRLV22S 165 LOUVER FUNC ROUND WOODGRAIN

FRLV24 154 LOUVER FUNC ROUND SMOOTH

FRLV24-4FTK 162 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV24-6TK 162
LOUVER FUNC ROUND W/ FL TRIM & FLAT KEY 
SMOOTH

FRLV24MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV24S 165 LOUVER FUNC ROUND WOODGRAIN

FRLV24TK 163
LOUVER FUNC ROUND W/ FL TRIM & FLAT KEY 
SMOOTH

FRLV28 154 LOUVER FUNC ROUND SMOOTH

FRLV30 154 LOUVER FUNC ROUND SMOOTH

FRLV30-6TK 162
LOUVER FUNC ROUND W/ FL TRIM & FLAT KEY 
SMOOTH

FRLV30MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV30TK 163
LOUVER FUNC ROUND W/ FL TRIM & FLAT KEY 
SMOOTH

FRLV32-2F 162 LOUVER FUNC ROUND W/ FL TRIM SMOOTH

FRLV32MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV32TK 163 LOUVER FUNC ROUND W/ FL TRIM & KEY SMOOTH

FRLV36 154 LOUVER FUNC ROUND SMOOTH

FRLV36TK 163 LOUVER FUNC ROUND W/ FL TRIM & FK SMOOTH

FRLV40MTK 163 LOUVER FUNC ROUND W/ DC TRIM & KEY SMOOTH

FRLV42 154 LOUVER FUNC ROUND SMOOTH

FRLV48 154 LOUVER FUNC ROUND SMOOTH

FRLVC30 162 LOUVER FUNC ROUND W/CROSS SMOOTH

FSR103X17 125 FISHSCALE PANEL SMOOTH

FTRLV36X18 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV42X21 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV48X10 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV48X12 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV48X18 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV48X22 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV48X24 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV60X18 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV60X23 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV60X25 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV60X30 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV64X27 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV64X32 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV65X21 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV66X22 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV72X36 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV76X19 159 LOUVER FUNC TRIANGLE SMOOTH

Part Number Page Description

FTRLV84X18 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV84X21 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLV88X22 159 LOUVER FUNC TRIANGLE SMOOTH

FTRLVLR108X27 158 LOUVER FUNC 2PC TRIANGLE SMOOTH

FTRLVLR115X35 158 LOUVER FUNC 2PC TRIANGLE SMOOTH

FTRLVLR120X30 158 LOUVER FUNC 2PC TRIANGLE SMOOTH

FTRLVLR60X25 158 LOUVER FUNC 2PC TRIANGLE SMOOTH

FTRLVLR60X30 158 LOUVER FUNC 2PC TRIANGLE SMOOTH

G

GP107X22 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP110X27 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP60X36 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP64X32 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP80X33 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP81X31 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP88X29 122 GABLE PEDIMENT VICTORIAN SMOOTH

GP96X28 122 GABLE PEDIMENT VICTORIAN SMOOTH

GPA104X26 122 GABLE PEDIMENT ARCHED SMOOTH

GPA60X24 122 GABLE PEDIMENT ARCHED SMOOTH

GPA70X35 122 GABLE PEDIMENT ARCHED SMOOTH

GPA81X34 122 GABLE PEDIMENT ARCHED SMOOTH

GPA86X32 122 GABLE PEDIMENT ARCHED SMOOTH

GPA87X29 122 GABLE PEDIMENT ARCHED SMOOTH

GPA95X28 122 GABLE PEDIMENT ARCHED SMOOTH

GPF66X33 123 GABLE PEDIMENT FLAT SMOOTH

GPH48X24 123 GABLE PEDIMENT HOLLAND SMOOTH

GPH75X34 123 GABLE PEDIMENT HOLLAND SMOOTH

GPH78X29 123 GABLE PEDIMENT HOLLAND SMOOTH

GPK100 124 GABLE PEDIMENT BASIC SMOOTH

GPK401 123 GABLE PEDIMENT STEWART SMOOTH

GPK402 124 GABLE PEDIMENT WELLINGTON SMOOTH

GPK451 123 GABLE PEDIMENT STEWART CENTER SMOOTH

GPK452 124 GABLE PEDIMENT WELLINGTON CENTER SMOOTH

GPK801 123 GABLE PEDIMENT STEWART SMOOTH

GPK802 124 GABLE PEDIMENT WELLINGTON SMOOTH

GPK851 123 GABLE PEDIMENT STEWART CENTER SMOOTH

GPK852 124 GABLE PEDIMENT WELLINGTON CENTER SMOOTH

H

HRC15X168ST 189 COLUMN HALF ROUND NON-TAPERED STONE

HRCBCC96X12ST 189 HALF ROUND NON-TAPERED COLUMN STONE

HRLV22X11 152 HALF ROUND LOUVER DECO SMOOTH

HRLV24X12 152 HALF ROUND LOUVER DECO SMOOTH

HRLV28X14 152 HALF ROUND LOUVER DECO SMOOTH

HRLV29-6FKWD 160 LOUVER DECO HALF ROUND W/DECO T,D,K SMOOTH
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HRLV32X16 152 HALF ROUND LOUVER DECO SMOOTH

HRLV32X16-4F 153 HALF ROUND W/ FL TRIM LOUVER DECO SMOOTH

HRLV36X18 152 HALF ROUND LOUVER DECO SMOOTH

HRLV36X18-4F 153 HALF ROUND W/ FL TRIM LOUVER DECO SMOOTH

HRLV36X18-6F 153 HALF ROUND W/ FL TRIM LOUVER DECO SMOOTH

HRLV36X18MTK 160
LOUVER DECO HALF ROUND W/ DC TRIM & KEY 
SMOOTH

HRLV36X4F 152 TRIM HALF ROUND SMOOTH

HRLV40X20 152 HALF ROUND LOUVER DECO SMOOTH

HRLV40X20-6F 153 HALF ROUND W/ FL TRIM LOUVER DECO SMOOTH

HRLV42X21 152 HALF ROUND LOUVER DECO SMOOTH

HRLV48X24 152 HALF ROUND LOUVER DECO SMOOTH

HRLV60X30 152 HALF ROUND LOUVER DECO SMOOTH

HRLV72X36 152 HALF ROUND LOUVER DECO SMOOTH

HRSP36X18 26 PEDIMENT HALF ROUND SPKD SMOOTH

HRSP48X24 26 PEDIMENT HALF ROUND SPKD SMOOTH

HRSP72X36 26 PEDIMENT HALF ROUND SPKD SMOOTH

K

K10SEG 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

K10ST 60 KEYSTONE SOLID SMOOTH

K10TM 47 KEYSTONE TRIM PROFILE SMOOTH

K12M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

K14M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

K226M 48 KEYSTONE TRIM PROFILE SMOOTH

K227M 48 KEYSTONE TRIM PROFILE SMOOTH

K4TF 47 KEYSTONE TRIM PROFILE SMOOTH

K4TM 47 KEYSTONE TRIM PROFILE SMOOTH

K5TF 47 KEYSTONE TRIM PROFILE SMOOTH

K6 47 KEYSTONE SOLID SMOOTH

K6M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

K6TF 47 KEYSTONE TRIM PROFILE SMOOTH

K6TM 47 KEYSTONE TRIM PROFILE SMOOTH

K8 47 KEYSTONE SOLID SMOOTH

K8TF 47 KEYSTONE TRIM PROFILE SMOOTH

K9M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

K9MN 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

KCCA10 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

KCCB8 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

KD8 47 KEYSTONE SOLID SMOOTH

KP4TF 47 KEYSTONE TRIM PROFILE SMOOTH

KP4TM 47 KEYSTONE TRIM PROFILE SMOOTH

KP6M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

KP6TF 47 KEYSTONE TRIM PROFILE SMOOTH

KP6TM 47 KEYSTONE TRIM PROFILE SMOOTH

KP9M 47 KEYSTONE CROSSHEAD PROFILE SMOOTH

Part Number Page Description

KWM180M 47 KEYSTONE BRICK MOULD PROFILE SMOOTH

L

LDCH58X18 23 CROSSHEAD LARGE DOOR SMOOTH

LDCH62X18 23 CROSSHEAD LARGE DOOR SMOOTH

LDCH87X18 23 CROSSHEAD LARGE DOOR SMOOTH

LDCH90X18 23 CROSSHEAD LARGE DOOR SMOOTH

LDCH94X18 23 CROSSHEAD LARGE DOOR SMOOTH

LP5X96 188 LAMP POST COLONIAL SMOOTH

LP6X96 188 LAMP POST TAPERED SMOOTH

LV12X18 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV12X18-4F 157
RECTANGLE VERTICAL W/TRIM LOUVER DECO 
SMOOTH

LV12X18S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV12X24 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV12X24S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV12X30 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV12X36 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV12X40 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV14X18S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV14X27 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV14X30 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV14X32 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV16X24 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV16X24S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV16X36 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV18X24 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV18X24-4F6WCH 157
LOUVER DECO RECT VRTCL W/TRIM & CRSHD 
SMOOTH

LV18X24S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV18X30 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV18X30-4F 157
RECTANGLE VERTICAL W/TRIM LOUVER DECO 
SMOOTH

LV18X36 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV18X42 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV20X28 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV20X30S 165 RECTANGLE VERTICAL LOUVER DECO WOODGRAIN

LV24X24 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV24X30 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV24X36 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV24X48 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV27X17 158 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV30X42 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV32X16 158 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV8X15 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV8X24 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH

LV8X30 156 RECTANGLE VERTICAL LOUVER DECO SMOOTH
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LVNS18X24 157
RECTANGLE VERTICAL NO SILL LOUVER DECO 
SMOOTH

LVSH12X36FNB 48 SHUTTER LOUVERED SMOOTH

LVSH12X36FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH12X36FNCR3S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH12X42FNB 48 SHUTTER LOUVERED SMOOTH

LVSH12X42FNCR 49 SHUTTER LOUVERED W/ CENTER RAIL SMOOTH

LVSH12X48FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH12X48FNCR3S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH16X48FNCR3S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH16X54FNB 48 SHUTTER LOUVERED SMOOTH

LVSH16X54FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH16X60FNB 48 SHUTTER LOUVERED SMOOTH

LVSH16X60FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH16X60FNCR3S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH16X72FNB 48 SHUTTER LOUVERED SMOOTH

LVSH16X72FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH18X48FNCR4S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH18X54FNB 48 SHUTTER LOUVERED SMOOTH

LVSH18X60FNB 48 SHUTTER LOUVERED SMOOTH

LVSH18X60FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH18X60FNCR4S 52
SHUTTER LOUVERED W/CENTER RAIL GRAINED 
WOODGRAIN

LVSH18X62FNB 48 SHUTTER LOUVERED SMOOTH

LVSH18X66FNB 48 SHUTTER LOUVERED SMOOTH

LVSH18X66FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH18X72FNB 48 SHUTTER LOUVERED SMOOTH

LVSH18X72FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH18X76FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH24X60FNB 48 SHUTTER LOUVERED SMOOTH

LVSH24X60FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSH24X72FNB 48 SHUTTER LOUVERED SMOOTH

LVSH24X72FNCR 49 SHUTTER LOUVERED W/CENTER RAIL SMOOTH

LVSSNN32X144S 54 SHUTTER LOUVERED PANELS GRAINED WOODGRAIN

M

MDB432 92 MOULDINGS DIVIDER BLOCK SMOOTH

MDB493 92 MOULDINGS DIVIDER BLOCK SMOOTH

MIC1 92 MOULDINGS INSIDE CORNER SMOOTH

MLD205-12 81 MOULDING W&D CASING SMOOTH

MLD205-8 81 MOULDING W&D CASING SMOOTH

MLD207-16 81 MOULDING W&D CASING FLUTED SMOOTH

MLD208-16 81 MOULDING W&D CASING FLUTED SMOOTH

MLD209-14 82 MOULDING W&D CASING FLUTED SMOOTH

Part Number Page Description

MLD211-16 81 MOULDING W&D CASING SMOOTH

MLD214-12 84 MOULDING W&D CASING SMOOTH

MLD215-12 85 MOULDING W&D CASING SMOOTH

MLD220-12 80 MOULDING W&D CASING SMOOTH

MLD220-16 80 MOULDING W&D CASING SMOOTH

MLD221-16 80 MOULDING W&D CASING SMOOTH

MLD221-8 80 MOULDING W&D CASING SMOOTH

MLD223-16 80 MOULDING W&D CASING SMOOTH

MLD224-12 78 MOULDING W&D CASING SMOOTH

MLD225-12 79 MOULDING W&D CASING SMOOTH

MLD226-10 78 MOULDING W&D CASING SMOOTH

MLD226-12 78 MOULDING W&D CASING SMOOTH

MLD226-16 78 MOULDING W&D CASING SMOOTH

MLD226-8 78 MOULDING W&D CASING SMOOTH

MLD227-16 81 MOULDING W&D CASING SMOOTH

MLD228-16 80 MOULDING W&D CASING SMOOTH

MLD230-16 80 MOULDING W&D CASING SMOOTH

MLD231-12 83 MOULDING W&D CASING SMOOTH

MLD232-16 79 MOULDING W&D CASING SMOOTH

MLD234-16 85 MOULDING W&D CASING SMOOTH

MLD235-16 80 MOULDING W&D CASING SMOOTH

MLD236-16 86 MOULDING W&D CASING SMOOTH

MLD237-16 85 MOULDING W&D CASING SMOOTH

MLD239-16 78 MOULDING W&D CASING SMOOTH

MLD240-8 85 MOULDING CORNICE SMOOTH

MLD241-16 90 MOULDING W&D CASING SMOOTH

MLD245-12 81 MOULDING W&D CASING SMOOTH

MLD246-16 74 MOULDING FASCIA SMOOTH

MLD247-16 79 MOULDING BASE TRIM SMOOTH

MLD250-10 86 MOULDING W&D CASING SMOOTH

MLD250-12 86 MOULDING W&D CASING SMOOTH

MLD250-8 86 MOULDING W&D CASING SMOOTH

MLD253-16 66 MOULDING CROWN FASCIA SMOOTH

MLD303-5 87 MOULDING DENTIL SMOOTH

MLD304-5 87 MOULDING DENTIL SMOOTH

MLD304-8 87 MOULDING DENTIL SMOOTH

MLD310-12 88 MOULDING DENTIL SMOOTH

MLD310-16 88 MOULDING DENTIL SMOOTH

MLD310-8 88 MOULDING DENTIL SMOOTH

MLD311-16 86 MOULDING CORNICE SMOOTH

MLD313-8 87 MOULDING DENTIL SMOOTH

MLD320-12 89 MOULDING DENTIL SMOOTH

MLD320-16 89 MOULDING DENTIL SMOOTH

MLD320-8 89 MOULDING DENTIL SMOOTH
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MLD330-12 89 MOULDING DENTIL SMOOTH

MLD331-16 89 MOULDING DENTIL SMOOTH

MLD332-8 88 MOULDING DENTIL SMOOTH

MLD333-12 89 MOULDING DENTIL SMOOTH

MLD334-12 89 MOULDING DENTIL SMOOTH

MLD335-12 89 MOULDING DENTIL SMOOTH

MLD336-16 74 MOULDING DENTIL SMOOTH

MLD350-8 88 MOULDING DENTIL SMOOTH

MLD351-8 88 MOULDING DENTIL SMOOTH

MLD352-8 88 MOULDING DENTIL SMOOTH

MLD353-8 88 MOULDING DENTIL SMOOTH

MLD354-12 88 MOULDING DENTIL SMOOTH

MLD355-8 87 MOULDING DENTIL SMOOTH

MLD356-12 87 MOULDING DENTIL SMOOTH

MLD360-8 88 MOULDING DENTIL SMOOTH

MLD362-16 70 MOULDING DENTIL SMOOTH

MLD364-12 67 MOULDING DENTIL SMOOTH

MLD365-16 70 MOULDING DENTIL SMOOTH

MLD370-8 89 MOULDING DENTIL SMOOTH

MLD371-16 67 MOULDING CROWN FASCIA SMOOTH

MLD372-14 68 MOULDING CROWN FASCIA SMOOTH

MLD388-12S 55 MOULDING L-SHAPED WOODGRAIN

MLD397-12S 55 MOULDING L-SHAPED WOODGRAIN

MLD398-12S 55 MOULDING L-SHAPED WOODGRAIN

MLD399-12S 55 SP-MOULDINGS  WOODGRAIN

MLD400-8 69 MOULDING CROWN SMOOTH

MLD404-12 69 MOULDING CROWN SMOOTH

MLD404-16 69 MOULDING CROWN SMOOTH

MLD404-8 69 MOULDING CROWN SMOOTH

MLD405-12 72 MOULDING CROWN SMOOTH

MLD406-16 69 MOULDING CROWN SMOOTH

MLD410-12 70 MOULDING CROWN SMOOTH

MLD410-8 70 MOULDING CROWN SMOOTH

MLD411-16 70 MOULDING CROWN SMOOTH

MLD412-16 73 MOULDING CROWN SMOOTH

MLD413-12 70 MOULDING CROWN SMOOTH

MLD419-12 75 MOULDING CROWN SMOOTH

MLD421-12 71 MOULDING CROWN SMOOTH

MLD423-12 71 MOULDING CROWN FASCIA SMOOTH

MLD425-12 72 MOULDING CROWN SMOOTH

MLD430-12 70 MOULDING CROWN SMOOTH

MLD432-12 70 MOULDING CROWN SMOOTH

MLD434-16 89 MOULDING DENTIL SMOOTH

MLD435-16 70 MOULDING CROWN SMOOTH

Part Number Page Description

MLD436-16 72 MOULDING CROWN SMOOTH

MLD440-12 70 MOULDING CROWN SMOOTH

MLD449-16 66 MOULDING CROWN SMOOTH

MLD450-16 67 MOULDING CROWN SMOOTH

MLD451-16 64 MOULDING CROWN SMOOTH

MLD452-12 64 MOULDING CROWN SMOOTH

MLD452-8 64 MOULDING CROWN SMOOTH

MLD453-16 66 MOULDING CROWN SMOOTH

MLD454-12 64 MOULDING CROWN SMOOTH

MLD455-12 83 MOULDING BED MOULDING SMOOTH

MLD456-12 64 MOULDING CROWN SMOOTH

MLD456-16 64 MOULDING CROWN SMOOTH

MLD457-12 66 MOULDING CROWN SMOOTH

MLD460-12 65 MOULDING CROWN SMOOTH

MLD461-8 71 MOULDING CROWN SMOOTH

MLD462-16 64 MOULDING CROWN SMOOTH

MLD467-16 65 MOULDING CROWN SMOOTH

MLD470-12 65 MOULDING CROWN SMOOTH

MLD471-12 65 MOULDING CROWN SMOOTH

MLD472-12 87 MOULDING CROWN SMOOTH

MLD480-12 66 MOULDING CROWN SMOOTH

MLD481-12 69 MOULDING CROWN SMOOTH

MLD490-12 71 MOULDING CROWN SMOOTH

MLD491-12 71 MOULDING CROWN SMOOTH

MLD493-12 72 MOULDING CROWN SMOOTH

MLD495-16 73 MOULDING CROWN SMOOTH

MLD505-8 87 MOULDING FASCIA SMOOTH

MLD506-16 75 MOULDING FASCIA SMOOTH

MLD508-12 74 MOULDING FASCIA SMOOTH

MLD509-16 73 MOULDING CORNICE SMOOTH

MLD510-12 73 MOULDING CORNICE SMOOTH

MLD511-12 73 MOULDING CORNICE SMOOTH

MLD512-16 86 MOULDING CORNICE SMOOTH

MLD513-16 73 MOULDING FASCIA SMOOTH

MLD520-16 86 MOULDING CORNICE SMOOTH

MLD521-8 74 MOULDING FASCIA SMOOTH

MLD522-16 80 MOULDING FASCIA SMOOTH

MLD523-16 73 MOULDING FASCIA SMOOTH

MLD524-16 68 MOULDING CROWN FASCIA SMOOTH

MLD527-16 74 MOULDING CORNICE SMOOTH

MLD528-12 68 MOULDING CROWN SMOOTH

MLD530-8 79 MOULDING FASCIA SMOOTH

MLD531-8 79 MOULDING FASCIA SMOOTH

MLD532-16 90 MOULDING FASCIA SMOOTH
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MLD533-12 75 MOULDING FASCIA SMOOTH

MLD534-12 75 MOULDING CORNICE SMOOTH

MLD535-16 67 MOULDING CROWN SMOOTH

MLD536-12 68 MOULDING CROWN FASCIA SMOOTH

MLD538-16 81 MOULDING FASCIA SMOOTH

MLD539-16 68 MOULDING CROWN FASCIA SMOOTH

MLD541-16 81 MOULDING FASCIA SMOOTH

MLD543-12 75 MOULDING FASCIA SMOOTH

MLD545-12 74 MOULDING CORNICE SMOOTH

MLD547-16 74 MOULDING CORNICE SMOOTH

MLD548-16 74 MOULDING FASCIA SMOOTH

MLD552-12 64 MOULDING CROWN FASCIA SMOOTH

MLD555-12 67 MOULDING CROWN SMOOTH

MLD556-16 68 MOULDING CROWN FASCIA SMOOTH

MLD560-8 72 MOULDING CROWN SMOOTH

MLD562-8 90 MOULDING CROWN SMOOTH

MLD564-16 72 MOULDING CROWN SMOOTH

MLD565-16 71 MOULDING CROWN SMOOTH

MLD569-12 66 MOULDING CROWN FASCIA SMOOTH

MLD570-12 66 MOULDING CROWN FASCIA SMOOTH

MLD572-16 64 MOULDING CROWN SMOOTH

MLD580-12 68 MOULDING CROWN FASCIA SMOOTH

MLD581-12 67 MOULDING CROWN FASCIA SMOOTH

MLD582-12 66 MOULDING CROWN SMOOTH

MLD583-16 66 MOULDING COVE SMOOTH

MLD584-16 65 MOULDING COVE SMOOTH

MLD585-12 69 MOULDING CROWN FASCIA SMOOTH

MLD586-16 69 MOULDING CROWN FASCIA SMOOTH

MLD587-16 65 MOULDING CROWN FASCIA SMOOTH

MLD588-16 67 MOULDING COVE SMOOTH

MLD589-16 65 MOULDING COVE SMOOTH

MLD590-16 65 MOULDING COVE SMOOTH

MLD591-16 67 MOULDING COVE SMOOTH

MLD592-16 64 MOULDING COVE SMOOTH

MLD593-16 64 MOULDING COVE SMOOTH

MLD600-10 90 MOULDING FASCIA SMOOTH

MLD600-8 90 MOULDING FASCIA SMOOTH

MLD601-12 82 MOULDING OGEE SMOOTH

MLD602-8 82 MOULDING OGEE CROSSHEAD TRIM STRIP SMOOTH

MLD603-8 82 MOULDING QUARTER ROUND SMOOTH

MLD604-12 90 MOULDING FASCIA SMOOTH

MLD605-12 85 MOULDING HALF ROUND SMOOTH

MLD606-12 65 MOULDING COVE SMOOTH

MLD607-8 84 MOULDING CORNER STRIP SMOOTH

Part Number Page Description

MLD608-12 71 MOULDING COVE SMOOTH

MLD609-12 90 MOULDING CHAIR RAIL SMOOTH

MLD610-8 84 MOULDING CHAIR RAIL SMOOTH

MLD611-12 84 MOULDING CHAIR RAIL SMOOTH

MLD612-12 83 MOULDING CHAIR RAIL SMOOTH

MLD613-12 84 MOULDING BED MOULDING SMOOTH

MLD614-16 86 MOULDING CHAIR RAIL SMOOTH

MLD618-16 83 MOULDING BASE CAP SMOOTH

MLD621-16 80 MOULDING SHINGLE SMOOTH

MLD622-4 85 MOULDING CHAIR RAIL SMOOTH

MLD625-16 85 MOULDING STEP SMOOTH

MLD626-8 82 MOULDING BED MOULDING SMOOTH

MLD627-12 83 MOULDING CHAIR RAIL SMOOTH

MLD627-16 83 MOULDING CHAIR RAIL SMOOTH

MLD628-8 82 MOULDING COVE SMOOTH

MLD629-10 84 MOULDING BED MOULDING SMOOTH

MLD631-16 84 MOULDING CHAIR RAIL SMOOTH

MLD633-8 82 MOULDING OGEE SMOOTH

MLD634-16 83 MOULDING OGEE SMOOTH

MLD635-12 67 MOULDING COVE SMOOTH

MLD637-16 78 MOULDING ASTRAGAL/MULLION SMOOTH

MLD639-16 86 MOULDING FASCIA SMOOTH

MLD640-8 90 MOULDING FASCIA SMOOTH

MLD641-16 85 MOULDING CORNICE SMOOTH

MLD642-12 68 MOULDING CROWN SMOOTH

MLD644-16 86 MOULDING FASCIA SMOOTH

MLD647-16 90 MOULDING FASCIA SMOOTH

MLD648-16 83 MOULDING BED MOULDING SMOOTH

MLD649-16 83 MOULDING BED MOULDING SMOOTH

MLD651-16 72 MOULDING FASCIA SMOOTH

MLD660-10 84 MOULDING COVE SMOOTH

MLD705-16 79 MOULDING FLAT TRIM PROFILES COVE SMOOTH

MLD706-16 78 MOULDING BASE TRIM SMOOTH

MLD708-12 79 MOULDING FLAT TRIM PROFILES BEVEL SMOOTH

MLD710-10 78 MOULDING SILL SMOOTH

MLD715-16 78 MOULDING FLAT TRIM PROFILES BEADED SMOOTH

MLD730-8 82 MOULDING OGEE SMOOTH

MLD732-12 72 MOULDING CROWN FASCIA SMOOTH

MLD734-12 68 MOULDING COVE SMOOTH

MLD735-16 79 MOULDING FLAT TRIM PROFILES BEADED SMOOTH

MLDWM180-16 77 BRICKMOULD SMOOTH

MLDWM180-8 77 BRICKMOULD SMOOTH

MLDWM180-8S 93 BRICKMOULD WOODGRAIN

MLDWM181-16 77 BRICKMOULD SMOOTH



www.fypon.com          206

In
d

e
x

Part Number Page Description

MLDWM182-12 77 BRICKMOULD SMOOTH

MLDWM183-16 77 BRICKMOULD SMOOTH

MOC1 92 MOULDINGS OUTSIDE CORNER SMOOTH

N

NCH18X30 133 WALL NICHE SMOOTH

NCH19X40 133 WALL NICHE SMOOTH

NCH26X46 133 WALL NICHE SMOOTH

NCH34X62 133 WALL NICHE SMOOTH

NCHS26X46 133 WALL NICHE SMOOTH

NCHS34X62 133 WALL NICHE SMOOTH

NP10X48 176 NEWEL POST DECO EDGE SMOOTH

NP12X48 177 NEWEL POST PLAIN SMOOTH

NP6X48 176 NEWEL POST PLAIN SMOOTH

NP8X48 176 NEWEL POST PLAIN SMOOTH

NP8X48ST 181 NEWEL POST PLAIN STONE

NPCP13X48 176 NEWEL POST SINGLE PNL SMOOTH

NPCP8X48 176 NEWEL POST SINGLE PNL SMOOTH

NPK10 177 NEWEL POST INSTALL KIT SMOOTH

NPK12 177 NEWEL POST INSTALL KIT SMOOTH

NPK13 177 NEWEL POST INSTALL KIT SMOOTH

NPK400 177 NEWEL POST INSTALL KIT SMOOTH

NPK600 177, 181 NEWEL POST INSTALL KIT SMOOTH

NPSP13X48 177 NEWEL POST SINGLE PNL SMOOTH

NPSP8X48 177 NEWEL POST SINGLE PNL SMOOTH

O

OLV18 155 OCTAGON LOUVER DECO SMOOTH

OLV22 155 OCTAGON LOUVER DECO SMOOTH

OLV24 155 OCTAGON LOUVER DECO SMOOTH

OLV28 155 OCTAGON LOUVER DECO SMOOTH

OLV30 155 OCTAGON LOUVER DECO SMOOTH

OV20X28X4F 43 TRIM OVAL FLAT SMOOTH

OV24X36X4F 43 TRIM OVAL FLAT SMOOTH

OV24X36X4M 43 TRIM OVAL DECORATIVE SMOOTH

OVL28X35K215V 161
LOUVER DECO OVAL VRTCL W/ DC TRIM & KEY 
SMOOTH

OVL35X28K215 160
LOUVER DECO OVAL HORZ W/ DC TRIM & KEY 
SMOOTH

OVLV12X24V 153 OVAL VERTICAL LOUVER DECO SMOOTH

OVLV18X24V 153 OVAL VERTICAL LOUVER DECO SMOOTH

OVLV20X29VTK 161
LOUVER DECO OVAL VRTCL W/ FL TRIM & KEY 
SMOOTH

OVLV25X37V 153 OVAL VERTICAL LOUVER DECO SMOOTH

OVLV29X20TK 161 LOUVER DECO OVAL HORZ W/TRIM & KEY SMOOTH

OVLV37X25H 153 OVAL HORZ LOUVER DECO SMOOTH

OVLV37X25X4F 153 TRIM OVAL SMOOTH

P

Part Number Page Description

PB2.5X2.5 91 SP-APPLIQUE PLINTH BLOCK SMOOTH

PB215 91 PLINTH BLOCK ROSETTE SMOOTH

PB220 91 PLINTH BLOCK ROSETTE SMOOTH

PB3.5X3.5 91 SP-APPLIQUE PLINTH BLOCK SMOOTH

PB3.875X3.875 91 SP-APPLIQUE PLINTH BLOCK SMOOTH

PB3X3 91 PLINTH BLOCK ROSETTE SMOOTH

PB4X4 91 PLINTH BLOCK ROSETTE SMOOTH

PB4X4X1 91 PLINTH BLOCK ROSETTE  SMOOTH

PB5X5 91 PLINTH BLOCK ROSETTE SMOOTH

PB5X5A 91 PLINTH BLOCK ROSETTE SMOOTH

PB6X6 91 PLINTH BLOCK ROSETTE SMOOTH

PB7X7 91 PLINTH BLOCK ROSETTE SMOOTH

PCP56 31 PEDIMENT PEAKED CAP SMOOTH

PCP667 31 PEDIMENT PEAKED CAP SMOOTH

PHFR5X11 129 FINIAL FULL RND PINEAPPLE SMOOTH

PHFR6X14 129 FINIAL FULL RND PINEAPPLE SMOOTH

PIL10X120P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL10X192A 38 PILASTER ARCH PROF SMOOTH

PIL10X96A 38 PILASTER ARCH PROF SMOOTH

PIL10X96HC 38 PILASTER HALF RND ADJ CLM SMOOTH

PIL11X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL11X108DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL11X108P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL11X109P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL11X120 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL11X120P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL11X144 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL11X90 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL11X90DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL11X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PIL11X96P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL2X86M 39 PILASTER FLUTED MULL SMOOTH

PIL3X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL3X81 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL3X90E 37 PILASTER FLUTED ECO MLD PLTH SMOOTH

PIL4X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL4X83 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL4X86 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL4X90 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL5X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL5X108P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL5X120E 38 PILASTER FLUTED ECO ADJ PLTH SMOOTH

PIL5X82 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL5X90 36 PILASTER FLUTED MLD PLTH SMOOTH
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PIL5X90DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL5X90E 37 PILASTER FLUTED ECO MLD PLTH SMOOTH

PIL5X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PIL6X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL6X120P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL6X144 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL6X90 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL6X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PIL7X102 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL7X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL7X108P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL7X120E 38 PILASTER FLUTED ECO ADJ PLTH SMOOTH

PIL7X120P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL7X144 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL7X90 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL7X90DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL7X90DPE 36 PILASTER DOUBLE PANEL ECO MLD PLTH SMOOTH

PIL7X90E 37 PILASTER FLUTED ECO MLD PLTH SMOOTH

PIL7X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PIL7X90PE 34 PILASTER DOUBLE PANEL ECO MLD PLTH SMOOTH

PIL8X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL8X108P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL8X144 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL8X90 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL8X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PIL9X100DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL9X102 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL9X108 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL9X108P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL9X120P 35 PILASTER PLAIN ADJ PLTH SMOOTH

PIL9X144 37 PILASTER FLUTED ADJ PLTH SMOOTH

PIL9X90 36 PILASTER FLUTED MLD PLTH SMOOTH

PIL9X90DP 35 PILASTER DOUBLE PANEL MLD PLTH SMOOTH

PIL9X90E 37 PILASTER FLUTED ECO MLD PLTH SMOOTH

PIL9X90P 34 PILASTER PLAIN MLD PLTH SMOOTH

PLV18X24-8 151 PEAKED LOUVER DECO SMOOTH

PLV18X30-9 151 PEAKED LOUVER DECO SMOOTH

PLV18X36-10 151 PEAKED LOUVER DECO SMOOTH

PLV24X30-10 151 PEAKED LOUVER DECO SMOOTH

PLV24X36-10 151 PEAKED LOUVER DECO SMOOTH

PLV24X36-12 151 PEAKED LOUVER DECO SMOOTH

PLV24X36-8 151 PEAKED LOUVER DECO SMOOTH

PP5X102 184 PORCH POST COLONIAL SMOOTH

PP5X108F 185 PORCH POST FLUTED SMOOTH

Part Number Page Description

PP6X108 184 PORCH POST COLONIAL SMOOTH

PP6X120 184 PORCH POST COLONIAL SMOOTH

PP6X96 184 PORCH POST COLONIAL SMOOTH

PP6X96FBSQ 186 PORCH POST PLAIN SMOOTH

PP8X120A 184 PORCH POST COLONIAL SMOOTH

PP8X96 184 PORCH POST COLONIAL SMOOTH

PPF8X120 185 PORCH POST FLUTED SMOOTH

PPSQKIT6X108S 188 COLUMN WOODGRAIN

PRLV27 162 LOUVER DECO ROUND PLAIN SMOOTH

PRS48X8 126 PORCH SPANDREL SMOOTH

PRS96X8 126 PORCH SPANDREL SMOOTH

PS192X5S 55 POT SHELF FLAT

PS28X13ST 57 POT SHELF SHELF SCTN STONE

PS48X8ST 56 POT SHELF BULLNOSE STONE

PS52X13ST 57 POT SHELF DORIC STONE

PS54X13ST 57 POT SHELF DORIC STONE

PS84X13ST 57 POT SHELF DORIC STONE

PST10X10F 178 NEWEL POST FLAT POST CAP SMOOTH

PST10X10P 179 NEWEL POST PEAKED POST CAP SMOOTH

PST10X10PST 181 NEWEL POST PEAKED POST CAP STONE

PST11X11FP 178 NEWEL POST FANCY PEAKED CAP SMOOTH

PST12X12F 179 NEWEL POST FLAT POST CAP SMOOTH

PST13X13F 179 NEWEL POST FLAT POST CAP SMOOTH

PST13X13FP 178 NEWEL POST FANCY PEAKED CAP SMOOTH

PST13X13P 179 NEWEL POST PEAKED POST CAP SMOOTH

PST14X14F 179 NEWEL POST FLAT POST CAP SMOOTH

PST14X14P 179 NEWEL POST PEAKED POST CAP SMOOTH

PST3X5 178 NEWEL POST PED BALL POST CAP SMOOTH

PST6X6FP 178 NEWEL POST FANCY PEAKED POST CAP SMOOTH

PST7X7F 178 NEWEL POST FLAT POST CAP SMOOTH

PST7X7P 179 NEWEL POST PEAKED POST CAP SMOOTH

PST8X8FP 178 NEWEL POST FANCY PEAKED POST CAP SMOOTH

PST9X9FP 178 NEWEL POST FANCY PEAKED POST CAP SMOOTH

PSTWBASE8S 189 POST WRAP BASE WOODGRAIN

PSTWCAP8S 189 POST WRAP CAP WOODGRAIN

PSTWKIT8X96S 189 POST WRAP KIT WOODGRAIN

PSWDH60X30 26 PEDIMENT PEAKED SUNBURST SMOOTH

PSWDH78X32 26 PEDIMENT PEAKED SUNBURST SMOOTH

PSWDH84X28 26 PEDIMENT PEAKED SUNBURST SMOOTH

Q

QLLV24 164 LOUVER DECO LEFT QTR ROUND SMOOTH

QN10X12X1 134 QUOIN BLOCK SMOOTH

QN10X16X1 134 QUOIN BLOCK SMOOTH

QN16X16 134 QUOIN BLOCK SMOOTH
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QN16X96 134 QUOIN 6 PNL BLOCK SMOOTH

QRLV24 164 LOUVER DECO RIGHT QTR ROUND SMOOTH

R

RHP56 31 PEDIMENT RAMS HEAD SMOOTH

RHP6100 31 PEDIMENT RAMS HEAD SMOOTH

RHP667 31 PEDIMENT RAMS HEAD SMOOTH

RHP86 31 PEDIMENT RAMS HEAD SMOOTH

RLV12 154 LOUVER DECO ROUND SMOOTH

RLV16 154 LOUVER DECO ROUND SMOOTH

RLV16MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV18 154 LOUVER DECO ROUND SMOOTH

RLV18MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV18S 165 LOUVER DECO ROUND WOODGRAIN

RLV18X4F 154 TRIM ROUND SMOOTH

RLV22 154 LOUVER DECO ROUND SMOOTH

RLV22S 165 LOUVER DECO ROUND WOODGRAIN

RLV24 154 LOUVER DECO ROUND SMOOTH

RLV24-4FTK 162 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV24-6TK 162
LOUVER FUNC ROUND W/ FL TRIM & FLAT KEY 
SMOOTH

RLV24MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV24S 165 LOUVER DECO ROUND WOODGRAIN

RLV24TK 163 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV24X4F 154 TRIM ROUND SMOOTH

RLV28 154 LOUVER DECO ROUND SMOOTH

RLV28X4F 154 TRIM ROUND SMOOTH

RLV30 154 LOUVER DECO ROUND SMOOTH

RLV30-6TK 162 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV30MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV30TK 163 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV32-2F 162 LOUVER DECO ROUND W/ FL TRIM SMOOTH

RLV32MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV32TK 163 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV36 154 LOUVER DECO ROUND SMOOTH

RLV36TK 163 LOUVER DECO ROUND W/ FL TRIM & KEY SMOOTH

RLV40MTK 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RLV42 154 LOUVER DECO ROUND SMOOTH

RLV48 154 LOUVER DECO ROUND SMOOTH

RLVC30 162 ROUND W/CROSS LOUVER DECO SMOOTH

RS16K 163 LOUVER DECO ROUND W/ DC TRIM & KEY SMOOTH

RSB4X4X6 175, 181 BAULSTER RAIL SUPPORT BLOCK SMOOTH

S

S3X19 128 SPIRE SMOOTH

S4X21 128 SPIRE SMOOTH

S6X32 128 SPIRE SMOOTH

Part Number Page Description

S8X56 128 SPIRE SMOOTH

SC8X8 127 APPLIQUE SCROLL SMOOTH

SH12X48TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH12X60TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH16X48DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH16X54DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH16X60DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH16X65DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH16X72DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH18X36TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH18X42TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH18X48TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH18X53DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH18X54TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH18X59DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH18X60TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH18X66DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH18X72DP 50 SHUTTER RAISED PANEL DOUBLE SMOOTH

SH18X72TP 49 SHUTTER RAISED PANEL TRIPLE SMOOTH

SH2PD18X40S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PD18X48S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PD18X60S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PD18X66S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PD24X48S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PD24X54S 54 SHUTTER 2 PLANK W/DIAMOND WOODGRAIN

SH2PHLR12X48S 52 SHUTTER 2 BOARD ARCH WOODGRAIN

SH2PO12X36S 53 SHUTTER 2 PLANK WOODGRAIN

SH2PO12X42S 53 SHUTTER 2 PLANK WOODGRAIN

SH2PO12X48S 53 SHUTTER 2 PLANK WOODGRAIN

SH2PO12X54S 53 SHUTTER 2 PLANK  WOODGRAIN

SH3P3BC14X71S 51 SHUTTER 3 BOARD PANEL SMOOTH

SH3P3BC14X75S 51 SHUTTER 3 BOARD PANEL SMOOTH

SH3PB15X46S 52 SHUTTER 3 PLANK WOODGRAIN

SH3PB18X40S 52 SHUTTER 3 PLANK WOODGRAIN

SH3PB18X66S 52 SHUTTER 3 PLANK WOODGRAIN

SH3PB24X54S 52 SHUTTER 3 PLANK WOODGRAIN

SH3PC14X39S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC14X47S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC14X55S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC14X59S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC14X63S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC16X36S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC16X42S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC16X48S 51 SHUTTER 3 BOARD WOODGRAIN
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SH3PC16X54S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC16X60S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC16X72S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X42S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X48S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X60S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X66S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X72S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC18X84S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC24X48S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC24X60S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC24X66S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PC24X72S 51 SHUTTER 3 BOARD WOODGRAIN

SH3PCPL14X88S 54 SHUTTER 3 BOARD PANEL WOODGRAIN

SH3PHLR18X66S 52 SHUTTER 3 BOARD ARCH WOODGRAIN

SH3PHLR24X70S 52 SHUTTER 3 BOARD ARCH WOODGRAIN

SH3PHLR24X86S 52 SHUTTER 3 BOARD ARCH WOODGRAIN

SH3PO16X36S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO16X42S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO16X48S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO16X54S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO16X60S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO16X72S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X36S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X48S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X54S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X60S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X62S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X66S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO18X72S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO20X42S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO20X48S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO20X54S 53 SHUTTER 3 PLANK WOODGRAIN

SH3PO20X66S 53 SHUTTER 3 PLANK WOODGRAIN

SH4P24X144X2S 54 SHUTTER 4 BOARD PANEL WOODGRAIN

SH4PHLR24X60S 51 SHUTTER 4 BOARD ELLIPTICAL WOODGRAIN

SH4PHLR24X64S 51 SHUTTER 4 BOARD ELLIPTICAL WOODGRAIN

SH4PHLR24X82S 52 SHUTTER 4 BOARD ARCH WOODGRAIN

SH5P30X144S 54 SHUTTER 5 BOARD PANEL WOODGRAIN

SHAC19153 50
SHUTTER RSD PANEL QUARTER ROUND ACCESSORY 
SMOOTH

SHAC19165 50 SHUTTER RSD PANEL TRAN ACCESSORY SMOOTH

SHAC19167 50 SHUTTER RSD PANEL TRAN ACCESSORY SMOOTH

SHAC19169 50 SHUTTER RSD PANEL TRAN ACCESSORY SMOOTH

Part Number Page Description

SHAC19174 50
SHUTTER LOUVERD QUARTER ROUND ACCESSORY 
SMOOTH

SL3X4X24ST 56 TRIM FLAT BLOCK STONE

SL4X4X24ST 56 TRIM FLAT BLOCK STONE

SL4X4X24ST-5 56 TRIM FLAT BLOCK SILL STONE

SP56 27 PEDIMENT SUNBURST SMOOTH

SP667 27 PEDIMENT SUNBURST SMOOTH

SP86 27 PEDIMENT SUNBURST SMOOTH

SP91 27 PEDIMENT SUNBURST SMOOTH

SP98 27 PEDIMENT SUNBURST SMOOTH

SWDH100X50 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH104X18 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH24X12 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH28X14 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH30X15 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH32X16 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH33X17 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH36X18 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH36X18-4FK 26 PEDIMENT HALF RND SUNBURST W/T & KEY SMOOTH

SWDH36X9 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH37X19 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH40X10 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH40X20 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH42X21 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH44X22 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH46X13 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH48X13 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH48X24 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH52X26 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH54X13 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH56X28 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH60X13 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH60X30 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH64X13 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH64X32 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH68X14 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH68X34 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH72X14 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH72X36 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH76X15 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH76X38 24 PEDIMENT HALF ROUND SUNBURST SMOOTH

SWDH78X16 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH80X15 25 PEDIMENT SEGMENT SUNBURST SMOOTH

SWDH96X17 25 PEDIMENT SEGMENT SUNBURST SMOOTH
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T

TC6 179 NEWEL POST TRIM COLLAR SMOOTH

TC8 179 NEWEL POST TRIM COLLAR SMOOTH

TC8-8 179 NEWEL POST TRIM COLLAR SMOOTH

TD4X7X96ST 59 TRIM DECORATIVE BLOCK STONE

TD4X9X24ST 59 TRIM DECORATIVE BLOCK STONE

TD4X9X96ST 59 TRIM DECORATIVE BLOCK STONE

TRLS18987 144 TRELLIS KIT WOODGRAIN

TRLS18988 144 TRELLIS KIT WOODGRAIN

TRLS18989 125, 144 TRELLIS HARDWARE KIT

TRLS18994 125, 144 TRELLIS HARDWARE KIT 

TRLS19003 125 TRELLIS KIT SMOOTH

TRLS19004 125 TRELLIS KIT SMOOTH

TRLV36X18 159 TRIANGLE LOUVER DECO SMOOTH

TRLV42X21 159 TRIANGLE LOUVER DECO SMOOTH

TRLV48X10 159 TRIANGLE LOUVER DECO SMOOTH

TRLV48X12 159 TRIANGLE LOUVER DECO SMOOTH

TRLV48X18 159 TRIANGLE LOUVER DECO SMOOTH

TRLV48X22 159 TRIANGLE LOUVER DECO SMOOTH

TRLV48X24 159 TRIANGLE LOUVER DECO SMOOTH

TRLV60X18 159 TRIANGLE LOUVER DECO SMOOTH

TRLV60X23 159 TRIANGLE LOUVER DECO SMOOTH

TRLV60X25 159 TRIANGLE LOUVER DECO SMOOTH

TRLV60X30 159 TRIANGLE LOUVER DECO SMOOTH

TRLV64X27 159 TRIANGLE LOUVER DECO SMOOTH

TRLV64X32 159 TRIANGLE LOUVER DECO SMOOTH

TRLV65X21 159 TRIANGLE LOUVER DECO SMOOTH

TRLV66X22 159 TRIANGLE LOUVER DECO SMOOTH

TRLV72X36 159 TRIANGLE LOUVER DECO SMOOTH

TRLV76X19 159 TRIANGLE LOUVER DECO SMOOTH

TRLV84X18 159 TRIANGLE LOUVER DECO SMOOTH

TRLV84X21 159 TRIANGLE LOUVER DECO SMOOTH

TRLV88X22 159 TRIANGLE LOUVER DECO SMOOTH

TRLVLR108X27 158 2PC TRIANGLE LOUVER DECO SMOOTH

TRLVLR115X35 158 2PC TRIANGLE LOUVER DECO SMOOTH

TRLVLR120X30 158 2PC TRIANGLE LOUVER DECO SMOOTH

TRLVLR60X25 158 2PC TRIANGLE LOUVER DECO SMOOTH

TRLVLR60X30 158 2PC TRIANGLE LOUVER DECO SMOOTH

TV20X19.75 134 TILE VENT

U

UFR11 129 FULL RND URN SMOOTH

W

WAB34 126 WREATH & BOW SMOOTH

WCH100X10BT 15 CROSSHEAD W/BT SMOOTH

Part Number Page Description

WCH100X6 11 CROSSHEAD SMOOTH

WCH100X6D 11 CROSSHEAD W/DT SMOOTH

WCH100X6K 11 CROSSHEAD W/KEY SMOOTH

WCH100X6T 11 CROSSHEAD W/TS SMOOTH

WCH100X7BT 11 CROSSHEAD W/BT SMOOTH

WCH100X9 15 CROSSHEAD SMOOTH

WCH100X9D 15 CROSSHEAD W/DT SMOOTH

WCH100X9K 15 CROSSHEAD W/KEY SMOOTH

WCH100X9T 15 CROSSHEAD W/TS SMOOTH

WCH101X10BT 15 CROSSHEAD W/BT SMOOTH

WCH101X9 15 CROSSHEAD SMOOTH

WCH101X9D 15 CROSSHEAD W/DT SMOOTH

WCH101X9K 15 CROSSHEAD W/KEY SMOOTH

WCH101X9T 15 CROSSHEAD W/TS SMOOTH

WCH102X12 16 CROSSHEAD SMOOTH

WCH102X12D 16 CROSSHEAD W/DT SMOOTH

WCH102X12K 16 CROSSHEAD W/KEY SMOOTH

WCH102X12T 16 CROSSHEAD W/TS SMOOTH

WCH102X13BT 16 CROSSHEAD W/BT SMOOTH

WCH103X10BT 15 CROSSHEAD W/BT SMOOTH

WCH103X6 11 CROSSHEAD SMOOTH

WCH103X6D 11 CROSSHEAD W/DT SMOOTH

WCH103X6K 11 CROSSHEAD W/KEY SMOOTH

WCH103X6T 11 CROSSHEAD W/TS SMOOTH

WCH103X7BT 11 CROSSHEAD W/BT SMOOTH

WCH103X9 15 CROSSHEAD SMOOTH

WCH103X9D 15 CROSSHEAD W/DT SMOOTH

WCH103X9K 15 CROSSHEAD W/KEY SMOOTH

WCH103X9T 15 CROSSHEAD W/TS SMOOTH

WCH104X10BT 15 CROSSHEAD W/BT SMOOTH

WCH104X12 16 CROSSHEAD SMOOTH

WCH104X12D 16 CROSSHEAD W/DT SMOOTH

WCH104X12K 16 CROSSHEAD W/KEY SMOOTH

WCH104X12T 16 CROSSHEAD W/TS SMOOTH

WCH104X13BT 16 CROSSHEAD W/BT SMOOTH

WCH104X6 11 CROSSHEAD SMOOTH

WCH104X6D 11 CROSSHEAD W/DT SMOOTH

WCH104X6K 11 CROSSHEAD W/KEY SMOOTH

WCH104X6T 11 CROSSHEAD W/TS SMOOTH

WCH104X7BT 11 CROSSHEAD W/BT SMOOTH

WCH104X9 15 CROSSHEAD SMOOTH

WCH104X9D 15 CROSSHEAD W/DT SMOOTH

WCH104X9K 15 CROSSHEAD W/KEY SMOOTH

WCH104X9T 15 CROSSHEAD W/TS SMOOTH
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WCH108X10BT 15 CROSSHEAD W/BT SMOOTH

WCH108X6 11 CROSSHEAD SMOOTH

WCH108X6D 11 CROSSHEAD W/DT SMOOTH

WCH108X6K 11 CROSSHEAD W/KEY SMOOTH

WCH108X6T 11 CROSSHEAD W/TS SMOOTH

WCH108X7BT 11 CROSSHEAD W/BT SMOOTH

WCH108X9 15 CROSSHEAD SMOOTH

WCH108X9D 15 CROSSHEAD W/DT SMOOTH

WCH108X9K 15 CROSSHEAD W/KEY SMOOTH

WCH108X9T 15 CROSSHEAD W/TS SMOOTH

WCH110X10BT 15 CROSSHEAD W/BT SMOOTH

WCH110X6 11 CROSSHEAD SMOOTH

WCH110X6D 11 CROSSHEAD W/DT SMOOTH

WCH110X6K 11 CROSSHEAD W/KEY SMOOTH

WCH110X6T 11 CROSSHEAD W/TS SMOOTH

WCH110X7BT 11 CROSSHEAD W/BT SMOOTH

WCH110X9 15 CROSSHEAD SMOOTH

WCH110X9D 15 CROSSHEAD W/DT SMOOTH

WCH110X9K 15 CROSSHEAD W/KEY SMOOTH

WCH110X9T 15 CROSSHEAD W/TS SMOOTH

WCH112X10BT 15 CROSSHEAD W/BT SMOOTH

WCH112X9 15 CROSSHEAD SMOOTH

WCH112X9D 15 CROSSHEAD W/DT SMOOTH

WCH112X9K 15 CROSSHEAD W/KEY SMOOTH

WCH112X9T 15 CROSSHEAD W/TS SMOOTH

WCH113X10BT 15 CROSSHEAD W/BT SMOOTH

WCH113X9 15 CROSSHEAD SMOOTH

WCH113X9D 15 CROSSHEAD W/DT SMOOTH

WCH113X9K 15 CROSSHEAD W/KEY SMOOTH

WCH113X9T 15 CROSSHEAD W/TS SMOOTH

WCH120X10BT 15 CROSSHEAD W/BT SMOOTH

WCH120X9 15 CROSSHEAD SMOOTH

WCH120X9D 15 CROSSHEAD W/DT SMOOTH

WCH120X9K 15 CROSSHEAD W/KEY SMOOTH

WCH120X9T 15 CROSSHEAD W/TS SMOOTH

WCH124X10BT 15 CROSSHEAD W/BT SMOOTH

WCH124X9 15 CROSSHEAD SMOOTH

WCH124X9D 15 CROSSHEAD W/DT SMOOTH

WCH124X9K 15 CROSSHEAD W/KEY SMOOTH

WCH124X9T 15 CROSSHEAD W/TS SMOOTH

WCH144X10BT 15 CROSSHEAD W/BT SMOOTH

WCH144X12 16 CROSSHEAD SMOOTH

WCH144X12D 16 CROSSHEAD W/DT SMOOTH

WCH144X12K 16 CROSSHEAD W/KEY SMOOTH

Part Number Page Description

WCH144X12T 16 CROSSHEAD W/TS SMOOTH

WCH144X13BT 16 CROSSHEAD W/BT SMOOTH

WCH144X14BT 18 CROSSHEAD W/BT SMOOTH

WCH144X6 11 CROSSHEAD SMOOTH

WCH144X6D 11 CROSSHEAD W/DT SMOOTH

WCH144X6K 11 CROSSHEAD W/KEY SMOOTH

WCH144X6T 11 CROSSHEAD W/TS SMOOTH

WCH144X7BT 11 CROSSHEAD W/BT SMOOTH

WCH144X9 15 CROSSHEAD SMOOTH

WCH144X9D 15 CROSSHEAD W/DT SMOOTH

WCH144X9K 15 CROSSHEAD W/KEY SMOOTH

WCH144X9T 15 CROSSHEAD W/TS SMOOTH

WCH192X10BT 15 CROSSHEAD W/BT SMOOTH

WCH192X9 15 CROSSHEAD SMOOTH

WCH192X9D 15 CROSSHEAD W/DT SMOOTH

WCH192X9K 15 CROSSHEAD W/KEY SMOOTH

WCH192X9T 15 CROSSHEAD W/TS SMOOTH

WCH196X10BT 15 CROSSHEAD W/BT SMOOTH

WCH196X9 15 CROSSHEAD SMOOTH

WCH196X9D 15 CROSSHEAD W/DT SMOOTH

WCH196X9K 15 CROSSHEAD W/KEY SMOOTH

WCH196X9T 15 CROSSHEAD W/TS SMOOTH

WCH197X10BT 15 CROSSHEAD W/BT SMOOTH

WCH197X9 15 CROSSHEAD SMOOTH

WCH197X9D 15 CROSSHEAD W/DT SMOOTH

WCH197X9K 15 CROSSHEAD W/KEY SMOOTH

WCH197X9T 15 CROSSHEAD W/TS SMOOTH

WCH200X10BT 15 CROSSHEAD W/BT SMOOTH

WCH200X12 16 CROSSHEAD SMOOTH

WCH200X12D 16 CROSSHEAD W/DT SMOOTH

WCH200X12K 16 CROSSHEAD W/KEY SMOOTH

WCH200X12T 16 CROSSHEAD W/TS SMOOTH

WCH200X13BT 16 CROSSHEAD W/BT SMOOTH

WCH200X9 15 CROSSHEAD SMOOTH

WCH200X9D 15 CROSSHEAD W/DT SMOOTH

WCH200X9K 15 CROSSHEAD W/KEY SMOOTH

WCH200X9T 15 CROSSHEAD W/TS SMOOTH

WCH203X12 16 CROSSHEAD SMOOTH

WCH203X12D 16 CROSSHEAD W/DT SMOOTH

WCH203X12K 16 CROSSHEAD W/KEY SMOOTH

WCH203X12T 16 CROSSHEAD W/TS SMOOTH

WCH203X13BT 16 CROSSHEAD W/BT SMOOTH

WCH204X10BT 15 CROSSHEAD W/BT SMOOTH

WCH204X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH
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WCH204X9 15 CROSSHEAD SMOOTH

WCH204X9D 15 CROSSHEAD W/DT SMOOTH

WCH204X9K 15 CROSSHEAD W/KEY SMOOTH

WCH204X9N 12 NARROW CROSSHEAD SMOOTH

WCH204X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH204X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH204X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH204X9T 15 CROSSHEAD W/TS SMOOTH

WCH207X10BT 15 CROSSHEAD W/BT SMOOTH

WCH207X9 15 CROSSHEAD SMOOTH

WCH207X9D 15 CROSSHEAD W/DT SMOOTH

WCH207X9K 15 CROSSHEAD W/KEY SMOOTH

WCH207X9T 15 CROSSHEAD W/TS SMOOTH

WCH20X10BT 13 CROSSHEAD W/BT SMOOTH

WCH20X9 13 CROSSHEAD SMOOTH

WCH20X9D 13 CROSSHEAD W/DT SMOOTH

WCH20X9K 13 CROSSHEAD W/KEY SMOOTH

WCH20X9T 13 CROSSHEAD W/TS SMOOTH

WCH213X12 16 CROSSHEAD SMOOTH

WCH213X12D 16 CROSSHEAD W/DT SMOOTH

WCH213X12K 16 CROSSHEAD W/KEY SMOOTH

WCH213X12T 16 CROSSHEAD W/TS SMOOTH

WCH213X13BT 16 CROSSHEAD W/BT SMOOTH

WCH24X10BT 13 CROSSHEAD W/BT SMOOTH

WCH24X6 10 CROSSHEAD SMOOTH

WCH24X6D 10 CROSSHEAD W/DT SMOOTH

WCH24X6K 10 CROSSHEAD W/KEY SMOOTH

WCH24X6T 10 CROSSHEAD W/TS SMOOTH

WCH24X7BT 10 CROSSHEAD W/BT SMOOTH

WCH24X9 13 CROSSHEAD SMOOTH

WCH24X9D 13 CROSSHEAD W/DT SMOOTH

WCH24X9K 13 CROSSHEAD W/KEY SMOOTH

WCH24X9T 13 CROSSHEAD W/TS SMOOTH

WCH25X10BT 13 CROSSHEAD W/BT SMOOTH

WCH25X9 13 CROSSHEAD SMOOTH

WCH25X9D 13 CROSSHEAD W/DT SMOOTH

WCH25X9K 13 CROSSHEAD W/KEY SMOOTH

WCH25X9T 13 CROSSHEAD W/TS SMOOTH

WCH26X10BT 13 CROSSHEAD W/BT SMOOTH

WCH26X9 13 CROSSHEAD SMOOTH

WCH26X9D 13 CROSSHEAD W/DT SMOOTH

WCH26X9K 13 CROSSHEAD W/KEY SMOOTH

WCH26X9T 13 CROSSHEAD W/TS SMOOTH

WCH27X10BT 13 CROSSHEAD W/BT SMOOTH

Part Number Page Description

WCH27X9 13 CROSSHEAD SMOOTH

WCH27X9D 13 CROSSHEAD W/DT SMOOTH

WCH27X9K 13 CROSSHEAD W/KEY SMOOTH

WCH27X9T 13 CROSSHEAD W/TS SMOOTH

WCH28X10BT 13 CROSSHEAD W/BT SMOOTH

WCH28X6 10 CROSSHEAD SMOOTH

WCH28X6D 10 CROSSHEAD W/DT SMOOTH

WCH28X6K 10 CROSSHEAD W/KEY SMOOTH

WCH28X6T 10 CROSSHEAD W/TS SMOOTH

WCH28X7BT 10 CROSSHEAD W/BT SMOOTH

WCH28X9 13 CROSSHEAD SMOOTH

WCH28X9D 13 CROSSHEAD W/DT SMOOTH

WCH28X9K 13 CROSSHEAD W/KEY SMOOTH

WCH28X9T 13 CROSSHEAD W/TS SMOOTH

WCH29X10BT 13 CROSSHEAD W/BT SMOOTH

WCH29X9 13 CROSSHEAD SMOOTH

WCH29X9D 13 CROSSHEAD W/DT SMOOTH

WCH29X9K 13 CROSSHEAD W/KEY SMOOTH

WCH29X9T 13 CROSSHEAD W/TS SMOOTH

WCH30X10BT 13 CROSSHEAD W/BT SMOOTH

WCH30X6 10 CROSSHEAD SMOOTH

WCH30X6D 10 CROSSHEAD W/DT SMOOTH

WCH30X6K 10 CROSSHEAD W/KEY SMOOTH

WCH30X6T 10 CROSSHEAD W/TS SMOOTH

WCH30X7BT 10 CROSSHEAD W/BT SMOOTH

WCH30X9 13 CROSSHEAD SMOOTH

WCH30X9D 13 CROSSHEAD W/DT SMOOTH

WCH30X9K 13 CROSSHEAD W/KEY SMOOTH

WCH30X9T 13 CROSSHEAD W/TS SMOOTH

WCH31X6 10 CROSSHEAD SMOOTH

WCH31X6D 10 CROSSHEAD W/DT SMOOTH

WCH31X6K 10 CROSSHEAD W/KEY SMOOTH

WCH31X6T 10 CROSSHEAD W/TS SMOOTH

WCH31X7BT 10 CROSSHEAD W/BT SMOOTH

WCH32X10BT 13 CROSSHEAD W/BT SMOOTH

WCH32X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH32X6 10 CROSSHEAD SMOOTH

WCH32X6D 10 CROSSHEAD W/DT SMOOTH

WCH32X6K 10 CROSSHEAD W/KEY SMOOTH

WCH32X6T 10 CROSSHEAD W/TS SMOOTH

WCH32X7BT 10 CROSSHEAD W/BT SMOOTH

WCH32X9 13 CROSSHEAD SMOOTH

WCH32X9D 13 CROSSHEAD W/DT SMOOTH

WCH32X9K 13 CROSSHEAD W/KEY SMOOTH
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WCH32X9N 12 NARROW CROSSHEAD SMOOTH

WCH32X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH32X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH32X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH32X9T 13 CROSSHEAD W/TS SMOOTH

WCH33X10BT 13 CROSSHEAD W/BT SMOOTH

WCH33X6 10 CROSSHEAD SMOOTH

WCH33X6D 10 CROSSHEAD W/DT SMOOTH

WCH33X6K 10 CROSSHEAD W/KEY SMOOTH

WCH33X6T 10 CROSSHEAD W/TS SMOOTH

WCH33X7BT 10 CROSSHEAD W/BT SMOOTH

WCH33X9 13 CROSSHEAD SMOOTH

WCH33X9D 13 CROSSHEAD W/DT SMOOTH

WCH33X9K 13 CROSSHEAD W/KEY SMOOTH

WCH33X9T 13 CROSSHEAD W/TS SMOOTH

WCH34X10BT 13 CROSSHEAD W/BT SMOOTH

WCH34X6 10 CROSSHEAD SMOOTH

WCH34X6D 10 CROSSHEAD W/DT SMOOTH

WCH34X6K 10 CROSSHEAD W/KEY SMOOTH

WCH34X6T 10 CROSSHEAD W/TS SMOOTH

WCH34X7BT 10 CROSSHEAD W/BT SMOOTH

WCH34X9 13 CROSSHEAD SMOOTH

WCH34X9D 13 CROSSHEAD W/DT SMOOTH

WCH34X9K 13 CROSSHEAD W/KEY SMOOTH

WCH34X9T 13 CROSSHEAD W/TS SMOOTH

WCH35X10BT 13 CROSSHEAD W/BT SMOOTH

WCH35X6 10 CROSSHEAD SMOOTH

WCH35X6D 10 CROSSHEAD W/DT SMOOTH

WCH35X6K 10 CROSSHEAD W/KEY SMOOTH

WCH35X6T 10 CROSSHEAD W/TS SMOOTH

WCH35X7BT 10 CROSSHEAD W/BT SMOOTH

WCH35X9 13 CROSSHEAD SMOOTH

WCH35X9D 13 CROSSHEAD W/DT SMOOTH

WCH35X9K 13 CROSSHEAD W/KEY SMOOTH

WCH35X9T 13 CROSSHEAD W/TS SMOOTH

WCH36X10BT 13 CROSSHEAD W/BT SMOOTH

WCH36X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH36X12 16 CROSSHEAD SMOOTH

WCH36X12D 16 CROSSHEAD W/DT SMOOTH

WCH36X12K 16 CROSSHEAD W/KEY SMOOTH

WCH36X12T 16 CROSSHEAD W/TS SMOOTH

WCH36X13BT 16 CROSSHEAD W/BT SMOOTH

WCH36X14BT 18 CROSSHEAD W/BT SMOOTH

WCH36X6 10 CROSSHEAD SMOOTH

Part Number Page Description

WCH36X6D 10 CROSSHEAD W/DT SMOOTH

WCH36X6K 10 CROSSHEAD W/KEY SMOOTH

WCH36X6T 10 CROSSHEAD W/TS SMOOTH

WCH36X7BT 10 CROSSHEAD W/BT SMOOTH

WCH36X9 13 CROSSHEAD SMOOTH

WCH36X9D 13 CROSSHEAD W/DT SMOOTH

WCH36X9K 13 CROSSHEAD W/KEY SMOOTH

WCH36X9N 12 NARROW CROSSHEAD SMOOTH

WCH36X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH36X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH36X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH36X9T 13 CROSSHEAD W/TS SMOOTH

WCH37X10BT 13 CROSSHEAD W/BT SMOOTH

WCH37X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH37X12 16 CROSSHEAD SMOOTH

WCH37X12D 16 CROSSHEAD SMOOTH

WCH37X12K 16 CROSSHEAD W/KEY SMOOTH

WCH37X12T 16 CROSSHEAD W/TS SMOOTH

WCH37X13BT 16 CROSSHEAD W/BT SMOOTH

WCH37X6 10 CROSSHEAD SMOOTH

WCH37X6D 10 CROSSHEAD W/DT SMOOTH

WCH37X6K 10 CROSSHEAD W/KEY SMOOTH

WCH37X6T 10 CROSSHEAD W/TS SMOOTH

WCH37X7BT 10 CROSSHEAD W/BT SMOOTH

WCH37X9 13 CROSSHEAD SMOOTH

WCH37X9D 13 CROSSHEAD W/DT SMOOTH

WCH37X9K 13 CROSSHEAD W/KEY SMOOTH

WCH37X9N 12 NARROW CROSSHEAD SMOOTH

WCH37X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH37X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH37X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH37X9T 13 CROSSHEAD W/TS SMOOTH

WCH38X10BT 13 CROSSHEAD W/BT SMOOTH

WCH38X6 10 CROSSHEAD SMOOTH

WCH38X6D 10 CROSSHEAD W/DT SMOOTH

WCH38X6K 10 CROSSHEAD W/KEY SMOOTH

WCH38X6T 10 CROSSHEAD W/TS SMOOTH

WCH38X7BT 10 CROSSHEAD W/BT SMOOTH

WCH38X9 13 CROSSHEAD SMOOTH

WCH38X9D 13 CROSSHEAD W/DT SMOOTH

WCH38X9K 13 CROSSHEAD W/KEY SMOOTH

WCH38X9T 13 CROSSHEAD W/TS SMOOTH

WCH40X10BT 13 CROSSHEAD W/BT SMOOTH

WCH40X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH
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WCH40X12 16 CROSSHEAD SMOOTH

WCH40X12D 16 CROSSHEAD W/DT SMOOTH

WCH40X12K 16 CROSSHEAD W/KEY SMOOTH

WCH40X12T 16 CROSSHEAD W/TS SMOOTH

WCH40X13BT 16 CROSSHEAD W/BT SMOOTH

WCH40X6 10 CROSSHEAD SMOOTH

WCH40X6D 10 CROSSHEAD W/DT SMOOTH

WCH40X6K 10 CROSSHEAD W/KEY SMOOTH

WCH40X6T 10 CROSSHEAD W/TS SMOOTH

WCH40X7BT 10 CROSSHEAD W/BT SMOOTH

WCH40X9 13 CROSSHEAD SMOOTH

WCH40X9D 13 CROSSHEAD W/DT SMOOTH

WCH40X9K 13 CROSSHEAD W/KEY SMOOTH

WCH40X9N 12 NARROW CROSSHEAD SMOOTH

WCH40X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH40X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH40X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH40X9T 13 CROSSHEAD W/TS SMOOTH

WCH41X10BT 13 CROSSHEAD W/BT SMOOTH

WCH41X6 10 CROSSHEAD SMOOTH

WCH41X6D 10 CROSSHEAD W/DT SMOOTH

WCH41X6K 10 CROSSHEAD W/KEY SMOOTH

WCH41X6T 10 CROSSHEAD W/TS SMOOTH

WCH41X7BT 10 CROSSHEAD W/BT SMOOTH

WCH41X9 13 CROSSHEAD SMOOTH

WCH41X9D 13 CROSSHEAD W/DT SMOOTH

WCH41X9K 13 CROSSHEAD W/KEY SMOOTH

WCH41X9T 13 CROSSHEAD W/TS SMOOTH

WCH42X10BT 13 CROSSHEAD W/BT SMOOTH

WCH42X9 13 CROSSHEAD SMOOTH

WCH42X9D 13 CROSSHEAD W/DT SMOOTH

WCH42X9K 13 CROSSHEAD W/KEY SMOOTH

WCH42X9T 13 CROSSHEAD W/TS SMOOTH

WCH43X10BT 13 CROSSHEAD W/BT SMOOTH

WCH43X6 10 CROSSHEAD SMOOTH

WCH43X6D 10 CROSSHEAD W/DT SMOOTH

WCH43X6K 10 CROSSHEAD W/KEY SMOOTH

WCH43X6T 10 CROSSHEAD W/TS SMOOTH

WCH43X7BT 10 CROSSHEAD W/BT SMOOTH

WCH43X9 13 CROSSHEAD SMOOTH

WCH43X9D 13 CROSSHEAD W/DT SMOOTH

WCH43X9K 13 CROSSHEAD W/KEY SMOOTH

WCH43X9T 13 CROSSHEAD W/TS SMOOTH

WCH44X10BT 13 CROSSHEAD W/BT SMOOTH

Part Number Page Description

WCH44X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH44X12 16 CROSSHEAD SMOOTH

WCH44X12D 16 CROSSHEAD W/DT SMOOTH

WCH44X12K 16 CROSSHEAD W/KEY SMOOTH

WCH44X12T 16 CROSSHEAD W/TS SMOOTH

WCH44X13BT 16 CROSSHEAD W/BT SMOOTH

WCH44X6 10 CROSSHEAD SMOOTH

WCH44X6D 10 CROSSHEAD W/DT SMOOTH

WCH44X6K 10 CROSSHEAD W/KEY SMOOTH

WCH44X6T 10 CROSSHEAD W/TS SMOOTH

WCH44X7BT 10 CROSSHEAD W/BT SMOOTH

WCH44X9 13 CROSSHEAD SMOOTH

WCH44X9D 13 CROSSHEAD W/DT SMOOTH

WCH44X9K 13 CROSSHEAD W/KEY SMOOTH

WCH44X9N 12 NARROW CROSSHEAD SMOOTH

WCH44X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH44X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH44X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH44X9T 13 CROSSHEAD W/TS SMOOTH

WCH45X10BT 13 CROSSHEAD W/BT SMOOTH

WCH45X9 13 CROSSHEAD SMOOTH

WCH45X9D 13 CROSSHEAD W/DT SMOOTH

WCH45X9K 13 CROSSHEAD W/KEY SMOOTH

WCH45X9T 13 CROSSHEAD W/TS SMOOTH

WCH46X10BT 13 CROSSHEAD W/BT SMOOTH

WCH46X6 10 CROSSHEAD SMOOTH

WCH46X6D 10 CROSSHEAD W/DT SMOOTH

WCH46X6K 10 CROSSHEAD W/KEY SMOOTH

WCH46X6T 10 CROSSHEAD W/TS SMOOTH

WCH46X7BT 10 CROSSHEAD W/BT SMOOTH

WCH46X9 13 CROSSHEAD SMOOTH

WCH46X9D 13 CROSSHEAD W/DT SMOOTH

WCH46X9K 13 CROSSHEAD W/KEY SMOOTH

WCH46X9T 13 CROSSHEAD W/TS SMOOTH

WCH47X6 10 CROSSHEAD SMOOTH

WCH47X6D 10 CROSSHEAD W/DT SMOOTH

WCH47X6K 10 CROSSHEAD W/KEY SMOOTH

WCH47X6T 10 CROSSHEAD W/TS SMOOTH

WCH47X7BT 10 CROSSHEAD W/BT SMOOTH

WCH48X10BT 13 CROSSHEAD W/BT SMOOTH

WCH48X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH48X12 16 CROSSHEAD SMOOTH

WCH48X12D 16 CROSSHEAD W/DT SMOOTH
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WCH48X12K 16 CROSSHEAD W/KEY SMOOTH

WCH48X12T 16 CROSSHEAD W/TS SMOOTH

WCH48X13BT 16 CROSSHEAD W/BT SMOOTH

WCH48X6 10 CROSSHEAD SMOOTH

WCH48X6D 10 CROSSHEAD W/DT SMOOTH

WCH48X6K 10 CROSSHEAD W/KEY SMOOTH

WCH48X6T 10 CROSSHEAD W/TS SMOOTH

WCH48X7BT 10 CROSSHEAD W/BT SMOOTH

WCH48X9 13 CROSSHEAD SMOOTH

WCH48X9D 13 CROSSHEAD W/DT SMOOTH

WCH48X9K 13 CROSSHEAD W/KEY SMOOTH

WCH48X9N 13 NARROW CROSSHEAD SMOOTH

WCH48X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH48X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH48X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH48X9T 13 CROSSHEAD W/TS SMOOTH

WCH49X10BT 13 CROSSHEAD W/BT SMOOTH

WCH49X9 13 CROSSHEAD SMOOTH

WCH49X9D 13 CROSSHEAD W/DT SMOOTH

WCH49X9K 13 CROSSHEAD W/KEY SMOOTH

WCH49X9T 13 CROSSHEAD W/TS SMOOTH

WCH50X10BT 14 CROSSHEAD W/BT SMOOTH

WCH50X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH50X6 10 CROSSHEAD SMOOTH

WCH50X6D 10 CROSSHEAD W/DT SMOOTH

WCH50X6K 10 CROSSHEAD W/KEY SMOOTH

WCH50X6T 10 CROSSHEAD W/TS SMOOTH

WCH50X7BT 10 CROSSHEAD W/BT SMOOTH

WCH50X9 14 CROSSHEAD SMOOTH

WCH50X9D 14 CROSSHEAD W/DT SMOOTH

WCH50X9K 14 CROSSHEAD W/KEY SMOOTH

WCH50X9N 12 NARROW CROSSHEAD SMOOTH

WCH50X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH50X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH50X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH50X9T 14 CROSSHEAD W/TS SMOOTH

WCH51X6 10 CROSSHEAD SMOOTH

WCH51X6D 10 CROSSHEAD W/DT SMOOTH

WCH51X6K 10 CROSSHEAD W/KEY SMOOTH

WCH51X6T 10 CROSSHEAD W/TS SMOOTH

WCH51X7BT 10 CROSSHEAD W/BT SMOOTH

WCH52X6 10 CROSSHEAD SMOOTH

WCH52X6D 10 CROSSHEAD W/DT SMOOTH

WCH52X6K 10 CROSSHEAD W/KEY SMOOTH

Part Number Page Description

WCH52X6T 10 CROSSHEAD W/TS SMOOTH

WCH52X7BT 10 CROSSHEAD W/BT SMOOTH

WCH54X10BT 14 CROSSHEAD W/BT SMOOTH

WCH54X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH54X12 16 CROSSHEAD SMOOTH

WCH54X12D 16 CROSSHEAD W/DT SMOOTH

WCH54X12K 16 CROSSHEAD W/KEY SMOOTH

WCH54X12T 16 CROSSHEAD W/TS SMOOTH

WCH54X13BT 16 CROSSHEAD W/BT SMOOTH

WCH54X6 10 CROSSHEAD SMOOTH

WCH54X6D 10 CROSSHEAD W/DT SMOOTH

WCH54X6K 10 CROSSHEAD W/KEY SMOOTH

WCH54X6T 10 CROSSHEAD W/TS SMOOTH

WCH54X7BT 10 CROSSHEAD W/BT SMOOTH

WCH54X9 14 CROSSHEAD SMOOTH

WCH54X9D 14 CROSSHEAD W/DT SMOOTH

WCH54X9K 14 CROSSHEAD W/KEY SMOOTH

WCH54X9N 12 NARROW CROSSHEAD SMOOTH

WCH54X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH54X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH54X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH54X9T 14 CROSSHEAD W/TS SMOOTH

WCH56X10BT 14 CROSSHEAD W/BT SMOOTH

WCH56X12 16 CROSSHEAD SMOOTH

WCH56X12D 16 CROSSHEAD W/DT SMOOTH

WCH56X12K 16 CROSSHEAD W/KEY SMOOTH

WCH56X12T 16 CROSSHEAD W/TS SMOOTH

WCH56X13BT 16 CROSSHEAD W/BT SMOOTH

WCH56X6 10 CROSSHEAD SMOOTH

WCH56X6D 10 CROSSHEAD W/DT SMOOTH

WCH56X6K 10 CROSSHEAD W/KEY SMOOTH

WCH56X6T 10 CROSSHEAD W/TS SMOOTH

WCH56X7BT 10 CROSSHEAD W/BT SMOOTH

WCH56X9 14 CROSSHEAD SMOOTH

WCH56X9D 14 CROSSHEAD W/DT SMOOTH

WCH56X9K 14 CROSSHEAD W/KEY SMOOTH

WCH56X9T 14 CROSSHEAD W/TS SMOOTH

WCH58X10BT 14 CROSSHEAD W/BT SMOOTH

WCH58X9 14 CROSSHEAD SMOOTH

WCH58X9D 14 CROSSHEAD W/DT SMOOTH

WCH58X9K 14 CROSSHEAD W/KEY SMOOTH

WCH58X9T 14 CROSSHEAD W/TS SMOOTH

WCH60X10BT 14 CROSSHEAD W/BT SMOOTH

WCH60X6 10 CROSSHEAD SMOOTH
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WCH60X6D 10 CROSSHEAD W/DT SMOOTH

WCH60X6K 10 CROSSHEAD W/KEY SMOOTH

WCH60X6T 10 CROSSHEAD W/TS SMOOTH

WCH60X7BT 10 CROSSHEAD W/BT SMOOTH

WCH60X9 14 CROSSHEAD SMOOTH

WCH60X9D 14 CROSSHEAD W/DT SMOOTH

WCH60X9K 14 CROSSHEAD W/KEY SMOOTH

WCH60X9T 14 CROSSHEAD W/TS SMOOTH

WCH62X10BT 14 CROSSHEAD W/BT SMOOTH

WCH62X9 14 CROSSHEAD SMOOTH

WCH62X9D 14 CROSSHEAD W/DT SMOOTH

WCH62X9K 14 CROSSHEAD W/KEY SMOOTH

WCH62X9T 14 CROSSHEAD W/TS SMOOTH

WCH64X10BT 14 CROSSHEAD W/BT SMOOTH

WCH64X12 16 CROSSHEAD SMOOTH

WCH64X12D 16 CROSSHEAD W/DT SMOOTH

WCH64X12K 16 CROSSHEAD W/KEY SMOOTH

WCH64X12T 16 CROSSHEAD W/TS SMOOTH

WCH64X13BT 16 CROSSHEAD W/BT SMOOTH

WCH64X6 10 CROSSHEAD SMOOTH

WCH64X6D 10 CROSSHEAD W/DT SMOOTH

WCH64X6K 10 CROSSHEAD W/KEY SMOOTH

WCH64X6T 10 CROSSHEAD W/TS SMOOTH

WCH64X7BT 10 CROSSHEAD W/BT SMOOTH

WCH64X9 14 CROSSHEAD SMOOTH

WCH64X9D 14 CROSSHEAD W/DT SMOOTH

WCH64X9K 14 CROSSHEAD W/KEY SMOOTH

WCH64X9T 14 CROSSHEAD W/TS SMOOTH

WCH65X10BT 14 CROSSHEAD W/BT SMOOTH

WCH65X9 14 CROSSHEAD SMOOTH

WCH65X9D 14 CROSSHEAD W/DT SMOOTH

WCH65X9K 14 CROSSHEAD W/KEY SMOOTH

WCH65X9T 14 CROSSHEAD W/TS SMOOTH

WCH66X10BT 14 CROSSHEAD W/BT SMOOTH

WCH66X6 11 CROSSHEAD SMOOTH

WCH66X6D 11 CROSSHEAD W/DT SMOOTH

WCH66X6K 11 CROSSHEAD W/KEY SMOOTH

WCH66X6T 11 CROSSHEAD W/TS SMOOTH

WCH66X7BT 11 CROSSHEAD W/BT SMOOTH

WCH66X9 14 CROSSHEAD SMOOTH

WCH66X9D 14 CROSSHEAD W/DT SMOOTH

WCH66X9K 14 CROSSHEAD W/KEY SMOOTH

WCH66X9T 14 CROSSHEAD W/TS SMOOTH

WCH67X10BT 14 CROSSHEAD W/BT SMOOTH

Part Number Page Description

WCH67X6 11 CROSSHEAD SMOOTH

WCH67X6D 11 CROSSHEAD W/DT SMOOTH

WCH67X6K 11 CROSSHEAD W/KEY SMOOTH

WCH67X6T 11 CROSSHEAD W/TS SMOOTH

WCH67X7BT 11 CROSSHEAD W/BT SMOOTH

WCH67X9 14 CROSSHEAD SMOOTH

WCH67X9D 14 CROSSHEAD W/DT SMOOTH

WCH67X9K 14 CROSSHEAD W/KEY SMOOTH

WCH67X9T 14 CROSSHEAD W/TS SMOOTH

WCH68X10BT 14 CROSSHEAD W/BT SMOOTH

WCH68X6 11 CROSSHEAD SMOOTH

WCH68X6D 11 CROSSHEAD W/DT SMOOTH

WCH68X6K 11 CROSSHEAD W/KEY SMOOTH

WCH68X6T 11 CROSSHEAD W/TS SMOOTH

WCH68X7BT 11 CROSSHEAD W/BT SMOOTH

WCH68X9 14 CROSSHEAD SMOOTH

WCH68X9D 14 CROSSHEAD W/DT SMOOTH

WCH68X9K 14 CROSSHEAD W/KEY SMOOTH

WCH68X9T 14 CROSSHEAD W/TS SMOOTH

WCH69X10BT 14 CROSSHEAD W/BT SMOOTH

WCH69X9 14 CROSSHEAD SMOOTH

WCH69X9D 14 CROSSHEAD W/DT SMOOTH

WCH69X9K 14 CROSSHEAD W/KEY SMOOTH

WCH69X9T 14 CROSSHEAD W/TS SMOOTH

WCH6ARS34X10 18 ARCHED CROSSHEAD SMOOTH

WCH6ARS34X10K 18 ARCHED CROSSHEAD W/KEY SMOOTH

WCH70X10BT 14 CROSSHEAD W/BT SMOOTH

WCH70X14BT 18 CROSSHEAD W/BT SMOOTH

WCH70X9 14 CROSSHEAD SMOOTH

WCH70X9D 14 CROSSHEAD W/DT SMOOTH

WCH70X9K 14 CROSSHEAD W/KEY SMOOTH

WCH70X9T 14 CROSSHEAD W/TS SMOOTH

WCH72X10BT 14 CROSSHEAD W/BT SMOOTH

WCH72X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH72X12 16 CROSSHEAD SMOOTH

WCH72X12D 16 CROSSHEAD W/DT SMOOTH

WCH72X12K 16 CROSSHEAD W/KEY SMOOTH

WCH72X12T 16 CROSSHEAD W/TS SMOOTH

WCH72X13BT 16 CROSSHEAD W/BT SMOOTH

WCH72X14BT 18 CROSSHEAD W/BT SMOOTH

WCH72X6 11 CROSSHEAD SMOOTH

WCH72X6D 11 CROSSHEAD W/DT SMOOTH

WCH72X6K 11 CROSSHEAD W/KEY SMOOTH

WCH72X6T 11 CROSSHEAD W/TS SMOOTH
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WCH72X7BT 11 CROSSHEAD W/BT SMOOTH

WCH72X9 14 CROSSHEAD SMOOTH

WCH72X9D 14 CROSSHEAD W/DT SMOOTH

WCH72X9K 14 CROSSHEAD W/KEY SMOOTH

WCH72X9N 12 NARROW CROSSHEAD SMOOTH

WCH72X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH72X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH72X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH72X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH72X9T 14 CROSSHEAD W/TS SMOOTH

WCH73X10BT 14 CROSSHEAD W/BT SMOOTH

WCH73X6 11 CROSSHEAD SMOOTH

WCH73X6D 11 CROSSHEAD W/DT SMOOTH

WCH73X6K 11 CROSSHEAD W/KEY SMOOTH

WCH73X6T 11 CROSSHEAD W/TS SMOOTH

WCH73X7BT 11 CROSSHEAD W/BT SMOOTH

WCH73X9 14 CROSSHEAD SMOOTH

WCH73X9D 14 CROSSHEAD W/DT SMOOTH

WCH73X9K 14 CROSSHEAD W/KEY SMOOTH

WCH73X9T 14 CROSSHEAD W/TS SMOOTH

WCH74X10BT 14 CROSSHEAD W/BT SMOOTH

WCH74X6 11 CROSSHEAD SMOOTH

WCH74X6D 11 CROSSHEAD W/DT SMOOTH

WCH74X6K 11 CROSSHEAD W/KEY SMOOTH

WCH74X6T 11 CROSSHEAD W/TS SMOOTH

WCH74X7BT 11 CROSSHEAD W/BT SMOOTH

WCH74X9 14 CROSSHEAD SMOOTH

WCH74X9D 14 CROSSHEAD W/DT SMOOTH

WCH74X9K 14 CROSSHEAD W/KEY SMOOTH

WCH74X9T 14 CROSSHEAD W/TS SMOOTH

WCH75X10BT 14 CROSSHEAD W/BT SMOOTH

WCH75X9 14 CROSSHEAD SMOOTH

WCH75X9D 14 CROSSHEAD W/DT SMOOTH

WCH75X9K 14 CROSSHEAD W/KEY SMOOTH

WCH75X9T 14 CROSSHEAD W/TS SMOOTH

WCH76X10BT 14 CROSSHEAD W/BT SMOOTH

WCH76X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH76X14BT 18 CROSSHEAD W/BT SMOOTH

WCH76X6 11 CROSSHEAD SMOOTH

WCH76X6D 11 CROSSHEAD W/DT SMOOTH

WCH76X6K 11 CROSSHEAD W/KEY SMOOTH

WCH76X6T 11 CROSSHEAD W/TS SMOOTH

WCH76X7BT 11 CROSSHEAD W/BT SMOOTH

WCH76X9 14 CROSSHEAD SMOOTH

Part Number Page Description

WCH76X9D 14 CROSSHEAD W/DT SMOOTH

WCH76X9K 14 CROSSHEAD W/KEY SMOOTH

WCH76X9N 12 NARROW CROSSHEAD SMOOTH

WCH76X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH76X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH76X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH76X9T 14 CROSSHEAD W/TS SMOOTH

WCH77X10BT 14 CROSSHEAD W/BT SMOOTH

WCH77X9 14 CROSSHEAD SMOOTH

WCH77X9D 14 CROSSHEAD W/DT SMOOTH

WCH77X9K 14 CROSSHEAD W/KEY SMOOTH

WCH77X9T 14 CROSSHEAD W/TS SMOOTH

WCH78X10BT 14 CROSSHEAD W/BT SMOOTH

WCH78X6 11 CROSSHEAD SMOOTH

WCH78X6D 11 CROSSHEAD W/DT SMOOTH

WCH78X6K 11 CROSSHEAD W/KEY SMOOTH

WCH78X6T 11 CROSSHEAD W/TS SMOOTH

WCH78X7BT 11 CROSSHEAD W/BT SMOOTH

WCH78X9 14 CROSSHEAD SMOOTH

WCH78X9D 14 CROSSHEAD W/DT SMOOTH

WCH78X9K 14 CROSSHEAD W/KEY SMOOTH

WCH78X9T 14 CROSSHEAD W/TS SMOOTH

WCH79X6 11 CROSSHEAD SMOOTH

WCH79X6D 11 CROSSHEAD W/DT SMOOTH

WCH79X6K 11 CROSSHEAD W/KEY SMOOTH

WCH79X6T 11 CROSSHEAD W/TS SMOOTH

WCH79X7BT 11 CROSSHEAD W/BT SMOOTH

WCH80.5X6 11 CROSSHEAD SMOOTH

WCH80.5X6D 11 CROSSHEAD W/DT SMOOTH

WCH80.5X6K 11 CROSSHEAD W/KEY SMOOTH

WCH80.5X6T 11 CROSSHEAD W/TS SMOOTH

WCH80.5X7BT 11 CROSSHEAD W/BT SMOOTH

WCH80X10BT 14 CROSSHEAD W/BT SMOOTH

WCH80X6 11 CROSSHEAD SMOOTH

WCH80X6D 11 CROSSHEAD W/DT SMOOTH

WCH80X6K 11 CROSSHEAD W/KEY SMOOTH

WCH80X6T 11 CROSSHEAD W/TS SMOOTH

WCH80X7BT 11 CROSSHEAD W/BT SMOOTH

WCH80X9 14 CROSSHEAD SMOOTH

WCH80X9D 14 CROSSHEAD W/DT SMOOTH

WCH80X9K 14 CROSSHEAD W/KEY SMOOTH

WCH80X9T 14 CROSSHEAD W/TS SMOOTH

WCH81X10BT 14 CROSSHEAD W/BT SMOOTH

WCH81X9 14 CROSSHEAD SMOOTH
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WCH81X9D 14 CROSSHEAD W/DT SMOOTH

WCH81X9K 14 CROSSHEAD W/KEY SMOOTH

WCH81X9T 14 CROSSHEAD W/TS SMOOTH

WCH82X10BT 14 CROSSHEAD W/BT SMOOTH

WCH82X9 14 CROSSHEAD SMOOTH

WCH82X9D 14 CROSSHEAD W/DT SMOOTH

WCH82X9K 14 CROSSHEAD W/KEY SMOOTH

WCH82X9T 14 CROSSHEAD W/TS SMOOTH

WCH84X10BT 14 CROSSHEAD W/BT SMOOTH

WCH84X10NBT 12 NARROW CROSSHEAD W/BT SMOOTH

WCH84X6 11 CROSSHEAD SMOOTH

WCH84X6D 11 CROSSHEAD W/DT SMOOTH

WCH84X6K 11 CROSSHEAD W/KEY SMOOTH

WCH84X6T 11 CROSSHEAD W/TS SMOOTH

WCH84X7BT 11 CROSSHEAD W/BT SMOOTH

WCH84X9 14 CROSSHEAD SMOOTH

WCH84X9D 14 CROSSHEAD W/DT SMOOTH

WCH84X9K 14 CROSSHEAD W/KEY SMOOTH

WCH84X9N 12 NARROW CROSSHEAD SMOOTH

WCH84X9ND 12 NARROW CROSSHEAD W/DT SMOOTH

WCH84X9NK 12 NARROW CROSSHEAD W/KEY SMOOTH

WCH84X9NT 12 NARROW CROSSHEAD W/TS SMOOTH

WCH84X9T 14 CROSSHEAD W/TS SMOOTH

WCH85X10BT 15 CROSSHEAD W/BT SMOOTH

WCH85X9 15 CROSSHEAD SMOOTH

WCH85X9D 15 CROSSHEAD W/DT SMOOTH

WCH85X9K 15 CROSSHEAD W/KEY SMOOTH

WCH85X9T 15 CROSSHEAD W/TS SMOOTH

WCH86X10BT 15 CROSSHEAD W/BT SMOOTH

WCH86X6 11 CROSSHEAD SMOOTH

WCH86X6D 11 CROSSHEAD W/DT SMOOTH

WCH86X6K 11 CROSSHEAD W/KEY SMOOTH

WCH86X6T 11 CROSSHEAD W/TS SMOOTH

WCH86X7BT 11 CROSSHEAD W/BT SMOOTH

WCH86X9 15 CROSSHEAD SMOOTH

WCH86X9D 15 CROSSHEAD W/DT SMOOTH

WCH86X9K 15 CROSSHEAD W/KEY SMOOTH

WCH86X9T 15 CROSSHEAD W/TS SMOOTH

WCH87X6 11 CROSSHEAD SMOOTH

WCH87X6D 11 CROSSHEAD W/DT SMOOTH

WCH87X6K 11 CROSSHEAD W/KEY SMOOTH

WCH87X6T 11 CROSSHEAD W/TS SMOOTH

WCH87X7BT 11 CROSSHEAD W/BT SMOOTH

WCH88X10BT 15 CROSSHEAD W/BT SMOOTH

Part Number Page Description

WCH88X9 15 CROSSHEAD SMOOTH

WCH88X9D 15 CROSSHEAD W/DT SMOOTH

WCH88X9K 15 CROSSHEAD W/KEY SMOOTH

WCH88X9T 15 CROSSHEAD W/TS SMOOTH

WCH90X10BT 15 CROSSHEAD W/BT SMOOTH

WCH90X9 15 CROSSHEAD SMOOTH

WCH90X9D 15 CROSSHEAD W/DT SMOOTH

WCH90X9K 15 CROSSHEAD W/KEY SMOOTH

WCH90X9T 15 CROSSHEAD W/TS SMOOTH

WCH93X10BT 15 CROSSHEAD W/BT SMOOTH

WCH93X9 15 CROSSHEAD SMOOTH

WCH93X9D 15 CROSSHEAD W/DT SMOOTH

WCH93X9K 15 CROSSHEAD W/KEY SMOOTH

WCH93X9T 15 CROSSHEAD W/TS SMOOTH

WCH96X10BT 15 CROSSHEAD W/BT SMOOTH

WCH96X12 16 CROSSHEAD SMOOTH

WCH96X12D 16 CROSSHEAD W/DT SMOOTH

WCH96X12K 16 CROSSHEAD W/KEY SMOOTH

WCH96X12T 16 CROSSHEAD W/TS SMOOTH

WCH96X13BT 16 CROSSHEAD W/BT SMOOTH

WCH96X14BT 18 CROSSHEAD W/BT SMOOTH

WCH96X6 11 CROSSHEAD SMOOTH

WCH96X6D 11 CROSSHEAD W/DT SMOOTH

WCH96X6K 11 CROSSHEAD W/KEY SMOOTH

WCH96X6T 11 CROSSHEAD W/TS SMOOTH

WCH96X7BT 11 CROSSHEAD W/BT SMOOTH

WCH96X9 15 CROSSHEAD SMOOTH

WCH96X9D 15 CROSSHEAD W/DT SMOOTH

WCH96X9K 15 CROSSHEAD W/KEY SMOOTH

WCH96X9T 15 CROSSHEAD W/TS SMOOTH

WCH99X10BT 15 CROSSHEAD W/BT SMOOTH

WCH99X9 15 CROSSHEAD SMOOTH

WCH99X9D 15 CROSSHEAD W/DT SMOOTH

WCH99X9K 15 CROSSHEAD W/KEY SMOOTH

WCH99X9T 15 CROSSHEAD W/TS SMOOTH

WCHARS101X13 19 ARCHED CROSSHEAD SMOOTH

WCHARS101X13K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS101X14BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS108X19 19 ARCHED CROSSHEAD SMOOTH

WCHARS108X19K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS108X20BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS33X14 18 ARCHED CROSSHEAD SMOOTH

WCHARS33X14K 18 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS33X15BT 18 ARCHED CROSSHEAD W/BT SMOOTH
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WCHARS36X13 18 ARCHED CROSSHEAD SMOOTH

WCHARS36X13K 18 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS36X14BT 18 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS43X13 18 ARCHED CROSSHEAD SMOOTH

WCHARS43X13K 18 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS43X14BT 18 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS54X16 18 ARCHED CROSSHEAD SMOOTH

WCHARS54X16K 18 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS54X17BT 18 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS64X14 19 ARCHED CROSSHEAD SMOOTH

WCHARS64X14K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS64X15BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS68X12 19 ARCHED CROSSHEAD SMOOTH

WCHARS68X12K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS68X13BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS68X16 19 ARCHED CROSSHEAD SMOOTH

WCHARS68X16K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS68X17BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS72X13 19 ARCHED CROSSHEAD SMOOTH

WCHARS72X13K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS72X14BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS75X13 19 ARCHED CROSSHEAD SMOOTH

WCHARS75X13K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS75X14BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS80X15 19 ARCHED CROSSHEAD SMOOTH

WCHARS80X15K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS80X16BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS84X16 19 ARCHED CROSSHEAD SMOOTH

WCHARS84X16K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS84X17BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS89X13 19 ARCHED CROSSHEAD SMOOTH

WCHARS89X13K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS89X14BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHARS97X17 19 ARCHED CROSSHEAD SMOOTH

WCHARS97X17K 19 ARCHED CROSSHEAD W/KEY SMOOTH

WCHARS97X18BT 19 ARCHED CROSSHEAD W/BT SMOOTH

WCHSEG28X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG28X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG28X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG30X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG30X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG30X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG34X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG34X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

Part Number Page Description

WCHSEG34X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG36X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG36X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG36X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG43X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG43X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG43X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG44X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG44X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG44X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG64X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG64X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG64X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WCHSEG72X10 19 EYEBROW CROSSHEAD SMOOTH

WCHSEG72X10K 19 EYEBROW CROSSHEAD W/KEY SMOOTH

WCHSEG72X11BT 19 EYEBROW CROSSHEAD W/BT SMOOTH

WDP32X13 45 WINDOW PANEL RAISED SMOOTH

WDP32X21 45 WINDOW PANEL RAISED SMOOTH

WDP34X12 45 WINDOW PANEL RAISED SMOOTH

WDP36X12 45 WINDOW PANEL RAISED SMOOTH

WDP36X18 45 WINDOW PANEL RAISED SMOOTH

WDP36X24 45 WINDOW PANEL RAISED SMOOTH

WDP38X18ADJ 44 WINDOW PANEL RAISED ADJUSTABLE SMOOTH

WDP41X24 45 WINDOW PANEL RAISED SMOOTH

WDP43X13ADJ 44 WINDOW PANEL RAISED ADJUSTABLE SMOOTH

WDP44X17 45 WINDOW PANEL RAISED SMOOTH

WDP48X36ADJ 44 WINDOW PANEL RAISED ADJUSTABLE SMOOTH

WDP48X73F 44 WINDOW PANEL FLAT SMOOTH

WDP85X24 45 WINDOW PANEL RAISED SMOOTH
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It's How You Finish.TM

At Fypon, our goal is to provide you with the 
performance, the product and the service you expect 
from the leader in synthetic millwork. With our wide 
product selection, unsurpassed quality and dedication 
to customer service, you can trust us as the superior 
solution for all of your millwork and trim needs.

Window & Door Trim

Mouldings

E-Vent™  Systems

Decorative Millwork 

Louvers & Gable Vents

Balustrade Systems

Porch Posts, Columns & Post Wrap

For high-quality, low-maintenance millwork  
and trim, Fypon has you covered from  
peak to plinth.

Fypon®. It’s How You Finish.TM

Better Products.
Better Service.




