Exterior Lighting for Your Home
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Catalog design and all elements of catalog design are protected by United States Federal and/or State Law, including Patent, Trademark and/or Copyright Laws.

The products depicted in this catalog are protected by United States Federal and/or State Law, including Patent, Trademark and/or Copyright Laws.
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The Great Outdoors’
by Minka-Lavery® is your home's
'welcome statement'. Graceful,
fashionable lighting is the best

value that you can add to
your home.

At The Minka Group®,

we provide lighting that is
decorative and in keeping with
today's trends. Qur fixtures meet
stringent quality and durability
guidelines to assure you of
products that are safe, long
lasting investments, giving years
of beauty and security. We
ascribe to Title 24 and Dark-Sky
standards for our various
collections, recognizing we are
all an important part of

our environment and

global community.

Please enjoy our 2013 collection
on the following pages.

www.minkagroup.net




Irvington Manor

189 - Chelesa Bronze™ finish

Clear Seeded glass

thegreatoutdoors:

FEATURES:
»  Aluminum Construction
» Metal Candle Sleeves

»  Chain Hung Style can also be used for interi
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 72173-189 NEW
»  See Finish Disclaimer on page 184 Wall Mount
SIZE: 10.5"W 20.75"H 11.75"EXT.
4/60W Candelabra Base

Formal yet inviting. The Irvington Manor collection
redefines traditional style with a fresh perspective that
blends old world accents with modern lines to create a

uniquely simplistic look.

thegreatoutdoors® By MINKA-LAVERY’




Incandescent
72174-189 NEW
Chain Hung

S1ze:8.5"L 8.5"W 15.5"H
3/60W Candelabra Base

.
72172-189 NEW
Wall Mount

S1zE: 8.5"W 16.75"H 9.5"EXT.
3/60W Candelabra Base

72170-189 NEW
Pocket Lantern

S1zE: 8.5"W 19"H 7"EXT.

2/60W Candelabra Base
Hinged Door
Stainless Steel Reflector
°
Irvington
Manor

bawp
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72171-189 NEW 72176-189 NEW §m
Wall Mount Post Mount g 3
SIZE: 6.5"W 12"H 7.5"EXT. S1zE: 8.5"L 8.5"W 18"H <8
1/60W Medium Base 3/60 Candelabra Base

www.minkagroup.net




Kent Place”

291 - Architectural Bronze with
Copper Highlights finish

Clear Seeded glass

FEATURES:

4
4
4

thegreatoutdoors:

Cast Aluminum Construction
Metal Candle Sleeves
Hand Applied Finish

Family accepts CFL candelabra bulbs (Not Incl.),
refer to item specifications

Also available: 9143-291

» 407 Prussian Gold™ - Incandescent, page 20-21 ‘éVIaZlEl P:guzn;cnw pa s 15
Prussi " - Fluorescent, page 114-115 : 10. 5 . .
» 407 Prussian Gold™ - Fluo pag e

U.S. Patent(s): D511,396; D512,174;

See Finish Disclaimer on page 184
D512,176; D515,237

Give your entry a classically inviting appeal with these
finely fashioned and perfectly proportioned lanterns.
Each patiently handcrafted lantern represents the
epitome of the maker's craft and is certain to make a
stunning statement.

thegreatoutdoors® By MINKA-LAVERY’




Incandescent

9149-291

Flush Mount

Size: 13"DIA. 7.75"H
2/60W Candelabra Base
U.S. Patent(s): D515,237

9142-291
Wall Mount
SIZE: 9"W 20.25"H 12.75"EXT.
3/60W Candelabra Base

U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

Kent Place”

bawp

™
9141-291 t
Wall Mount o
SIzE: 7"W 15.75"H 10"EXT.
2/60W Candelabra Base :
U.S. Patent(s): D511,396; D512,174; g H
D512,176; D515,237 %
=Q
>
20
=
9146-291 . °
Post Mount :’g<
. n " o m ‘
SIZE: 10.25"DIA. 22.25"H Epe
3/60W Candelabra Base E19 “
e @

U.S. Patent(s): D512,176; D515,237

www.minkagroup.net




Rivendale Court

291 - Architectural Bronze with

Copper Highlights finish

Clear glass

FEATURES:

4
4
4

thegreatoutdoors:

Aluminum Construction with Cast Elements

Metal Candle Sleeves
Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications 72303-291
0o . Wall Mount
See Finish Disclaimer on page 184 SIZE: 13.75"W 23.25"H 13.25"EXT.
4/60W Candelabra Base

This unique lantern with its large early 20t Century style
handle will complement both the country home and the

city townhouse.

E thegreatoutdoors® By MINKA-LAVERY’




Incandescent

d

72301-291

Wall Mount

SIZE: 8.5"W 14.75"H 8.25"EXT.
1/100W Medium Base

Rivendale Court

72302-291
Wall Mount
S1zE: 10.5"W 19"H 10.25"EXT.
3/60W Candelabra Base

72306-291

Post Mount

SIZE: 9.5"L 9.5"W 20.25"H
3/60W Candelabra Base

bawp
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Travessa

291 - Architectural Bronze
with Copper Highlights finish

Clear Crackle glass

72331-291

Wall Mount

S1zE: 7"W 11"H 6.5"EXT.
1/100W Medium Base

thegreatoutdoors:

72332-291

Wall Mount

SIzE: 9.5"W 16.5"H 8.75"EXT.
3/60W Candelabra Base

FEATURES:
»  Aluminum Construction
» Metal Candle Sleeves

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 72336-291
Post Mount
»  See Finish Disclaimer on page 184 SIZE: 7.75"DIA. 16.25"H
3/60W Candelabra Base

Travessa marries the allure of a Spanish villa with

the simple charm of the countryside. With a warm
Architectural Bronze with Copper Highlights finish,
beautiful Clear Crackle glass and soft lines, this series
offers transitional styling that is sure to impress for

years to come.
E thegreatoutdoors® By MINKA-LAVERY’




Incandescent

9302-171

Wall Mount
Size: 10"w 18.5"H 11"EXT.
3/60W Candelabra Base
thegreatoutdoors
»
4
4
9306-171
Post Mount 4

S1zE: 8"DIA. 17.5"H
1/100W Medium Base

Understated elegance anchored in classic design, this
collection features timeless updated styling with its
beautiful Liquid Silver glass that offers sophistication to
any home.

Solara Hills

171 - Architectural Bronze finish
Liquid Silver glass

9301-171
Wall Mount
SIZE: 8.5"W 15.25"H 9"EXT.
2/60W Candelabra Base

FEATURES:

Aluminum Construction
Hand Applied Multi-Step Finish

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

See Finish Disclaimer on page 184

www.minkagroup.net n




Wilshire Park

149 - Portsmouth Bronze finish
Clear Water glass

FEATURES:

»

thegreatoutdoors

Aluminum Construction
Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

See Finish Disclaimer on page 184 72113-149 NEW
Wall Mount
SIZE: 9"W 22"H 10.5"EXT.
4/40W Candelabra Base

Elegantly simple, highly sophisticated, the Wilshire
Park collection combines traditional gas lantern
styling for the 21t Century. With exaggerated breather
vents, beautiful Clear Water glass and a hand-applied
Portsmouth Bronze finish, Wilshire Park is the perfect
reinterpretation of a classic era.

thegreatoutdoors” By MINKA-LAVERY



72112-149 NEW

Wall Mount

Size:7.5"w 18.5"H 8.75"EXT.
3/60W Candelabra Base

Wilshire Park

72111-149 NEW

Wall Mount

S1ZE: 6.25"W 13.75"H 6.25"EXT.
1/100W Medium Base

72116-149 NEW
Post Mount

S1zE: 7.5"L 6.25"W 18.75"H
3/60W Candelabra Base

Incandescent

72114-149 NEW
Chain Hung

S1zE:7.5"L 6.25"W 16"H
3/60W Candelabra Base

bawp
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Harrison"

61 - Vintage Rust™ finish

Clear Beveled glass

FEATURES:

4
14
>

Cast Aluminum Construction
Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used forinterior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

Also available:
» 66 Black - Incandescent, page 69-71
» 61 Vintage Rust™ - Fluorescent, page 134-135

8693-61

Wall Mount

Size: 12"w 33.5"H 16"EXT.
4/60W Candelabra Base

U.S. Patent(s): D457,681; D461,591;
D463,062

See Finish Disclaimer on page 184

The quiet elegance of the Harrison™ series is sure to
make this design a classic. A unique arm and top detail

combine with Clear Beveled glass to create a work of art.

thegreatoutdoors’ By MINKA-LAVERY'



Incandescent

8694-61

Chain Hung

Size: 12"L 12"w 28.75"H
4/40W Candelabra Base
U.S. Patent(s): D457,681

8691-61
Wall Mount
SIzE: 7.5"W 21"H 10.25"EXT.
2/60W Candelabra Base

U.S. Patent(s): D457,681; D461,591;
D463,062

Harrison”

bawp

8690-61
Wall Mount
SIZE: 6.25"W 11.5"H 7.75"EXT.

-SJ00PINO0JP.

o
1/100W Medium Base -
U.S. Patent(s): D463,062 g

L2

=
8692-61 o=
Wall Mount Lo
SIzE: 10"W 27.75"H 13.25"EXT. §§
3/60W Candelabra Base e
U.S. Patent(s): D457,681; D461,591; 2 "g
D463,062

www.minkagroup.net



Incandescent

8698-61

Pocket Lantern

Size: 10"w 18.25"H 6.5"EXT.
3/40W Candelabra Base

8697-61

Pocket Lantern

SIZE: 7.5"W 14.75"H 4.75"EXT.
1/100W Medium Base

Harrison”

g_ >
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= 8695-61

) Post Mount
SIzE: 7.5"L 7.5"W 20"H
3/40W Candelabra Base

U.S. Patent(s): D457,681

8696-61

Post Mount

SIzE: 10"L 10"W 25.75"H
3/60W Candelabra Base
U.S. Patent(s): D457,681

thegreatoutdoors:

thegreatoutdoors® By MINKA-LAVERY’



Incandescent W'i C kfo rd B aym

357 - Iron Oxide finish
Clear Seeded glass

8274-A357 8273-A357

Chain Hung Wall Mount

SIZE: 11.25"L 9.75"W 14.25"H SIZE: 11.25"W 22"H 11.25"EXT.

3/60W Candelabra Base 3/60W Candelabra Base
8272-A357
Wall Mount

SIzE: 9"w 19.5"H 9.75"EXT.
2/60W Candelabra Base

FEATURES:

» Aluminum Construction
» Metal Candle Sleeves
» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

» Family accepts CFL candelabra or medium base

SR bulbs (Not Incl.), refer to item specifications

Wall Mount
SIZE: 6.75"W 10.5"H 7.25"EXT.
1/100W Medium Base

» Also available:
» 357 Iron Oxide - LED, page 94-95

8276-A357 » See Finish Disclaimer on page 184

Post Mount
S1zE: 11.25"L 9.75"W 17.75"H
3/60W Candelabra Base

Relaxed elegance, the comfort of the front porch, style
and proportion are a few of the many ways to describe
Wickford Bay". This family features Clear Seeded glass,
decorative, traditional venting and is topped with a
multi-step hand applied finish.

www.minkagroup.net



Merrimack”

166 - Corona Bronze™ finish

Clear Hammered glass

FEATURES:
» Cast Aluminum Construction

» Metal Candle Sleeves

»  Chain Hung Style can also be used for interior

foyer or stairwell applications

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

» Also available:

» 166 Corona Bronze™ - Fluorescent, page 116-117

» 66 Black - LED, page 90-91

»  See Finish Disclaimer on page 184

thegreatoutdoors®

By MINKA-LAVERY

thegreatoutdoors:

8763-166

Wall Mount

SIZE: 10"W 20"H 12"EXT.
3/60W Candelabra Base

Merrimack™ is a sturdy cast aluminum family with
features and style that are exhibited in the finest
outdoor fixtures. The Corona Bronze™ finish is
highlighted by Clear Hammered glass and is priced to fit
every budget.



Incandescent

8769-166
Flush Mount

SIzE: 13"DIA. 7.25"H
2/60W Medium Base

Merrimack”

8764-166
Chain Hung
SIZE: 10"DIA. 18.25"H 8762-166
3/60W Candelabra Base Wall Mount

Size: 8"w 16.25"H 9.5"EXT.
1/100W Medium Base

bawp

8761-166

Wall Mount

SIZE: 6.25"W 12.25"H 7.75"EXT.
1/100W Medium Base

8765-166 8766-166

Kuedwio) ,dnoin eyuIy v

oAATAYT-VININ

Post Mount Post Mount
SIzZE: 10"DIA. 23"H S1zE: 8"DIA. 19.25"H
3/60W Candelabra Base 1/100W Medium Base

-SJ00PINO0JP.
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Taylor Court™

61 - Vintage Rust™ finish

Clear Seeded glass

FEATURES:

>
4
14

Aluminum Construction

Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

8617-A61

Wall Mount

S1zE: 12.5"W 28.25"H 15"EXT.
3/60W Candelabra Base

See Finish Disclaimer on page 184

Classic and timeless describe our Taylor Court™
collection. This simple sturdy design will blend with
most architecture and provide light and beauty for years

to come.

thegreatoutdoors’ By MINKA-LAVERY



. Incandescent

8619-A61

Flush Mount

S1zE: 11"DIA. 6.5"H
2/40W Candelabra Base

8614-A61

Chain Hung

SIzE: 10.25"DIA. 18.75"H
3/60W Candelabra Base

Taylor
Court”

8613-A61

Wall Mount
8610-A61 SIZE: 10.25"W 22.75"H 12.75"EXT.

Pocket Lantern 3/60W Candelabra Base

SIZE: 10.25"W 17"H 4.5"EXT.
2/60W Candelabra Base
Hinged Door

bawp

8611-A61

Wall Mount

SIZE: 6.5"W 12.75"H 8.25"EXT.
1/60W Medium Base

-SJ00PINO0JP.
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2
8616-A61 8612-A61 °m
Post Mount Wall Mount g =J
SIZE: 10.25"DIA. 19.25"H SIZE: 8"W 17.5"H 10.25"EXT. 275
3/60W Candelabra Base 2/60W Candelabra Base

www.minkagroup.net



Kent Place”

407 - Prussian Gold™ finish

Clear Seeded glass

thegreatoutdoors:

FEATURES:
»  Cast Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Finish

»  Family accepts CFL candelabra (Not Incl.),
refer to item specifications

» Alsoavailable:
» 291 Architectural Bronze with Copper Highlights - Wall Mount

Incandesgent, page 4-5 SIzE: 12"W 28"H 17.5"EXT.
» 407 Prussian Gold" - Fluorescent, page 114-115 4/60W Candelabra Base

9147-407

U.S. Patent(s): D511,396; D512,174;

»  See Finish Disclaimer on page 184 D512.176: D515,237

Give your entry a classically inviting appeal with these
finely fashioned and perfectly proportioned lanterns.
Each patiently handcrafted lantern represents the
epitome of the maker's craft and is certain to make a
stunning statement.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

9149-407

Flush Mount

SIzE: 13"DIA. 7.75"H
2/60W Candelabra Base
U.S. Patent(s): D515,237

9144-407
Chain Hung
SIzE: 10.25"DIA. 21.75"H
3/60W Candelabra Base

U.S. Patent(s): D512,176; D515,237 9143-407

Wall Mount

SIZE: 10.25"W 23.5"H 14.75"EXT.
Pl = 3/60W Candelabra Base

= U.S. Patent(s): D511,396; D512,174;

‘?V:llf }Vlolfjgz Ke n t a Ce D512,176; 55)15,237

SIzE: 7"W 15.75"H 10"EXT.

2/60W Candelabra Base

U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

9142-407

Wall Mount

SIZE: 9"W 20.25"H 12.75"EXT.
3/60W Candelabra Base

U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

bawp

-SJ00PINO0JP.
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N
9146-407 9145-407 o
Post Mount Post Mount %@3<>
SIZE: 10.25"DIA. 22.25"H SIZE: 12"DIA. 26"H §m
3/60W Candelabra Base 4/60W Candelabra Base E 3
U.S. Patent(s): D512,176; D515,237 U.S. Patent(s): D512,176; D515,237 =8

www.minkagroup.net



Edenshire

212 - English Brass finish
Clear Seeded glass

FEATURES:

»  Brass Construction 72423-212 NEW

) . ) Wall Mount
»  Chain Hung Style can also be used for interior SIZE: 10"W 22.25"H 12"EXT.
foyer or stairwell applications 4/60W Candelabra Base

»  Family accepts CFL candelabra or medium base dios ey

bulbs (Not Incl.), refer to item specifications

» See Finish Disclaimer on page 184

Clean lines and classic traditional design make the
Edenshire collection truly timeless. The look is as
appropriate in today's homes as it was decades
ago. With its solid brass construction accentuated
by a beautiful English Brass finish and Clear Seeded
glass, Edenshire offers comfort with sophisticated
craftsmanship.

thegreatoutdoors’ By MINKA-LAVERY'



' Incandescent

72421-212 NEW

J

Wall Mount
SIZE: 6"W 14"H 7.75"EXT.
72424-212 NEW 1/60W Medium Base
Chain Hung Hinged Door
S1zE: 8.25"L 8.25"W 18.5"H 72420-212 NEW
3/60W Candelabra Base Pocket Lantern
Hinged Door SIzE: 8.25"W 15.5"H 4.75"EXT.
2/60W Candelabra Base
Hinged Door

Edenshire

boun

72422-212 NEW

™
Wall Mount —
SIzE: 8.25"Ww 18.75"H 10"EXT. o
3/60W Candelabra Base

Hinged Door :
< o
Q.

Z
£0

72426-212 NEW N
Post Mount g; °

SizE: 8.25"L 8.25"W 19"H %=
3/60W Candelabra Base §% 1

. kel

Hinged Door B < “@

www.minkagroup.net



Harveston Manor

615B - Dorian Bronze™ finish

Double French Scavo glass

thegreatoutdoors:

FEATURES:

»  Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 8723-A615B
» See Finish Disclaimer on page 184 Wall Mount
Size: 11"w 18.25"H 12.5"EXT.
3/60W Candelabra Base

Design details are the focus of Harveston Manor. The
Arts and Crafts style is highlighted by Double French
Scavo glass and the Dorian Bronze™ finish that provide

warmth while accentuating the details of this family.

thegreatoutdoors® By MINKA-LAVERY’



l Incandescent

8729-A615B

Flush Mount

SIZE: 11.25"DIA. 4.75"H
2/60W Medium Base

8724-A615B
Chain Hung 8722-A615B
SIZE: 11"DIA. 16.5"H Wall Mount

3/60W Candelabra Base SIZE: 9"W 14.75"H 10.5"EXT.

1/100W Medium Base

8721-A615B

Wall Mount

SIZE: 7.25"W 9"H 8.25"EXT.
1/60W Medium Base

bawp

Harveston
Manor

-SJ00PINO0JP.

g
=
L2
8725-A615B 8726-A615B =z
Column Mount Post Mount o=
SIzE: 11"DIA. 16"H SIZE: 9"DIA. 13.75"H El2
3/60W Candelabra Base 1/100W Medium Base §§
iA
2=
@

www.minkagroup.net



Berkeley"

51 - Rust finish

Clear Seeded glass

8567-51

Column Mount

SIzE: 11.5"L 11.5"w 18.75"H
4/60W Candelabra Base

U.S. Patent(s): D429,018

8562-51

Wall Mount

Size: 8.25"W 16.5"H 9.75"EXT.
3/60W Candelabra Base

U.S. Patent(s): D429,018

8560-51

Pocket Lantern

SIZE: 10"W 17.5"H 5.25"EXT.
2/60W Candelabra Base

U.S. Patent(s): D429,018

FEATURES:

»  Brass Construction

» Hand Applied Chemical Finish

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 8561-51
Wall Mount
»  Also available: SIZE: 6"W 12.25"H 7.75"EXT.
» 51 Rust - Fluorescent, page 126 8563-51 1/100W Medium Base
L Wall Mount U.S. Patent(s): D429,018
»  See Finish Disclaimer on page 184 SIZE: 10"W 19"H 11.5"EXT.
4/60W Candelabra Base

U.S. Patent(s): D429,018

This Mission style exterior group is constructed of brass
and Clear Seeded glass panels. The series is made in
three sizes with column mount and pocket lantern
configurations.

thegreatoutdoors” By MINKA-LAVERY



Glen Allen

57 - Roman Bronze™ finish

Clear Seeded glass

8553-57

Wall Mount

SIZE: 12"W 26.25"H 14.75"EXT.
4/60W Candelabra Base

8551-57

Wall Mount

SIZE: 7"W 16"H 8.75"EXT.
1/100W Medium Base

8552-57
Wall Mount
SIZE: 8.5"W 20.25"H 12.25"EXT.
3/60W Candelabra Base
FEATURES:
» Brass Construction
8558-57 » Decorative Burner Top
Podi e g »  Multi-Step Chemical finish
S1zE: 8.5"W 20"H 5.5"EXT.
2/60W Candelabra Base » Metal Candle Sleeves
Hinged D . .
P:)Tiiﬁed g?;ss Reflector »  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications
8555-57

Post Mount

S1ze: 8.5"L 8.5"W 22.25"H
3/60W Candelabra Base
Hinged Door

» See Finish Disclaimer on page 184

A family of exceptionally crafted exterior lanterns,
constructed in solid brass with hand soldered Clear
Seeded glass panels and delicate metal filigree work.
The series is made in three sizes with pocket lantern and
post mount configurations.

www.minkagroup.net



Settlers Way

179 - Textured French Bronze finish

Clear Seeded glass

thegreatoutdoors:

FEATURES:
»  Aluminum Construction
» Hand Applied Multi-Step Finish
» Open Bottom

»  Chain Hung Style can also be used for interior

foyer or stairwell applications 72162-179 NEW

. . Wall Mount
»  Family accepts CFL candelabra or medium base SIaZE: 9(.)_:-?\” 17.5"H 11"EXT.

bulbs (Not Incl.), refer to item specifications 1/100W Medium Base

»  See Finish Disclaimer on page 184

Settlers Way is a fresh interpretation of classic lantern
styling. The clean lines, beautiful Clear Seeded glass,
Textured French Bronze finish and adaptable personality

perfectly complement today's exteriors.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

Settlers Way

72164-179 NEW
Chain Hung

SIZE: 9.5"DIA. 18.5"H
1/100W Medium Base

72161-179 NEW

Wall Mount

SIZE: 7.75"W 15.5"H 9.25"EXT.
1/60W Candelabra Base

bawp

-SJ00PINO0JP.

o

<
72166-179 NEW <
Post Mount Z
SIZE: 9.5"DIA. 18.25"H §§
1/100W Medium Base £
15
<
g™
s A
=
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Crossroads Point

171 - Architectural Bronze finish

Clear glass

thegreatoutdoors

FEATURES:
»  Aluminum Construction with Cast Elements
» Metal Candle Sleeves

»  Family accepts CFL candelabra or medium base 9283-171
bulbs (Not Incl.), refer to item specifications Wall Mount
SIzE: 10.5"W 23.5"H 12"EXT.

»  See Finish Disclaimer on page 184 4/60W Candelabra Base

This classically styled series with robust aluminum
construction and understated Architectural Bronze
finish is certain to be a favorite with the discerning

homeowner.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

{

9282-171 9281-171

Wall Mount Wall Mount

SIzE: 8.5"W 19.25"H 9.5"EXT. SIZE: 6.5"W 14.5"H 7.25"EXT.
2/60W Candelabra Base 1/60W Medium Base

Crossroads
Point

bawp

-SJ00PINO0JP.

g
=
Z

>

=
9286-171 or
Post Mount 5@3<>
SizE: 8.5"L 8.5"W 19.5"H oM
3/60W Candelabra Base g 3
=8
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Mossoro™

161 - Mossoro Walnut™
with Silver Highlights finish

Clear glass

FEATURES:

»  Aluminum Construction

» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior

foyer or stairwell applications 8267-161
. . Wall Mount
> EarEEly ;ccteIptsLCFL c?ndtelgtt)ra or mgf(?m:j base SIZE: 11.5"W 26.75"H 13.25"EXT.
ulbs (Not Incl.), refer to item specifications 4/60W Candelabra Base

» See Finish Disclaimer on page 184

This collection has a warm and familiar look that features
the Mossoro Walnut™ with Silver Highlights finish. This
Mossoro™ collection offers strength and durability while

maintaining a soft side designed to fit any home.

thegreatoutdoors’ By MINKA-LAVERY



Incandescent

8263-161
Wall Mount
SIZE: 9.75"W 22.75"H 11.25"EXT.
3/60W Candelabra Base
8268-161
Chain Hung 8264-161

SIzE: 11.5"L 11.5"w 22"H Chain Hung

4/60W Candelabra Base M OSSO rom SIZE: 9.75"L 9.75"W 19"H

3/60W Candelabra Base

8262-161

Wall Mount

SIZE:7.75"W 17.75"H 9"EXT.
2/60W Candelabra Base

bawp

-SJ00PINO0JP.

8261-161 g
Wall Mount =z
SIZE: 5.75"W 14.25"H 7"EXT. =
1/60W Medium Base > z
=

5N
e
B
8266-161 8265-161 <
Post Mount Post Mount E %
SI1ZE:7.75"L 7.75"W 16.5"H SIzE:11.5"L 11.5"W 23.25"H E19
2/60W Candelabra Base 4/60W Candelabra Base @

www.minkagroup.net



Amherst”

57 - Roman Bronze™ finish

Mouth Blown Clear Seeded glass

thegreatoutdoors

FEATURES:
»  Brass Construction
» Hand Applied Multi-Step Finish

»  Family accepts CFL candelabra or medium base 8812-57
bulbs (Not Incl.), refer to item specifications Wall Mount
8-g ool Size: 12"w 28"H 14.5"EXT.
»  See Finish Disclaimer on page 184 4/60W Candelabra Base

U.S. Patent(s): D436,208

An exceptional series of exterior lanterns are formed
from solid brass and finished in Roman Bronze™. The
lanterns, with their large, Mouth Blown Clear Seeded

glass, shaped like urns, are offered in various sizes.

thegreatoutdoors® By MINKA-LAVERY'



Incandescent

Amherst”

8817-57

Wall Mount

SIZE: 6.75"W 16.75"H 9.5"EXT.
1/100W Medium Base

U.S. Patent(s): D436,208

8815-57
Wall Mount

SIZE: 9.5"W 22"H 11.5"EXT.
3/60W Candelabra Base

U.S. Patent(s): D436,208
© 1998 Minka Lighting, Inc.

8810-57

Wall Mount

SIZE: 6.75"W 13"H 8"EXT.
1/100W Medium Base

U.S. Patent(s): D436,208

bawp

-SJ00PINO0JP.

g

<

8811-57 E
Wall Mount >
=

SI1ZE: 9.5"W 22.5"H 11.75"EXT. ;§

3/60W Candelabra Base o~

U.S. Patent(s): D436,208 8816-57 -‘(é;;<>

Post Mount e

SIZE: 12"DIA. 24"H e

4/60W Candelabra Base =8

U.S. Patent(s): D436,208

www.minkagroup.net



Newport”

94 - Heritage™ finish

Mouth Blown Clear Optic glass

thegreatoutdoors:

FEATURES:

»  Cast Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior 8903-94
foyer or stairwell applications Wall Mount
. SIZE: 12"W 34.25"H 16.25"EXT.
»  Family accepts CFL candelabra bulbs (Not Incl.) 4/40W Candelabra Base

U.S. Patent(s): D427,721; D428,187;

»  See Finish Disclaimer on page 184 .

This family of European inspired exterior lanterns is cast
in aluminum and accented with Mouth Blown Clear Optic
glass. The wall brackets are suspended from ornately
cast arms and back-plates with classical styling from the
late 18" Century. The lanterns are offered in a variety of
sizes with several configurations.

thegreatoutdoors” By MINKA-LAVERY



-

8904-94

Chain Hung

SIzE: 12"DIA. 30.25"H
4/40W Candelabra Base
U.S. Patent(s): D436,209

8908-94

Wall Mount

SIZE: 12"W 34.25"H 16.25"EXT.
4/40W Candelabra Base

U.S. Patent(s): D427,721; D428,187;
D436,209

Newport”

baun

-SJ00PINO0JP.

g
=
L2
8902-94 =z

8909-94 8906-94 Wall Mount :QLI—‘
Post Mount Post Mount SIZE: 9.75"W 28"H 13.75"EXT. %@D<>
SIZE: 9.75"DIA. 28"H S1zE: 12"DIA. 33"H 3/40W Candelabra Base §m
3/40W Candelabra Base 4/40W Candelabra Base U.S. Patent(s): D427,721; D428,187; g =
U.S. Patent(s): D436,209 U.S. Patent(s): D436,209 D436,209 2=

www.minkagroup.net



Incandescent

Newport”

9909-94

Flush Mount

SIzE: 11.75"DIA. 9.75"H
2/40W Candelabra Base

8905-94
Wall Mount
S1zE: 6.75"W 18.25"H 7.75"EXT.
2/40W Candelabra Base

U.S. Patent(s): D436,209

8901-94
Wall Mount

SIzE: 9.75"W 28"H 13.75"EXT.
3/40W Candelabra Base

U.S. Patent(s): D427,721; D428,187;
D436,209

A Minka Group® Company

by MINKA-LAVERY®

8900-94

Wall Mount

SIZE: 6.75"W 19.5"H 9.75"EXT.
2/40W Candelabra Base

U.S. Patent(s): D427,721; D428,187;
D436,209

8907-94

Wall Mount

SIZE: 6.75"W 19.5"H 9.75"EXT.
2/40W Candelabra Base

U.S. Patent(s): D427,721; D428,187;
D436,209

thegreatoutdoors:

thegreatoutdoors” By MINKA-LAVERY"



Park Terrace

66 - Black finish

One Piece Clear Seeded glass

Incandescent

9161-66
Wall Mount
SIZE: 7.25"W 13"H 7"EXT. 9163-66

1/60W B13 Medium Base Only Incl. Wall Mount

Stainless Steel Reflector SI1zE: 11.75"W 20"H 11.75"EXT.

1/60W T10 Medium Base Only Incl.
Stainless Steel Reflector

9162-66

Wall Mount

SIzE: 10"W 18"H 9.25"EXT.
1/60W T10 Medium Base Only Incl.
Stainless Steel Reflector

FEATURES:

» Aluminum Construction
9166-66 » Metal Candle Sleeves
Post Mount

SIZE: 11.75"L 9.25"W 23.5"H » See Finish Disclaimer on page 184

1/60W T10 Medium Base Only Incl.

A unique glass urn shape with arching arm support

completes this gracious lantern series.

www.minkagroup.net



Stratford Hall’

95 - Heritage™
with Gold Highlights finish

Clear Beveled glass

FEATURES:

4
4
4

Cast Aluminum Construction
Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

See Finish Disclaimer on page 184

thegreatoutdoors” By MINKA-LAVERY

63.25" Overall Height

9091-95

Wall Mount

SIZE: 25.5"W 63.25"H 31.5"EXT.
9/60W Candelabra Base

U.S. Patent(s): D434,522; D437,657;
D438,660

© 1999 Minka Lighting, Inc.

This large scale majestic series is crafted from solid

cast aluminum and is appointed with ornate cast
ornamentation. Stratford Hall", with its rich European
heritage, lends itself to both residential and commercial
applications.



L

8930-95
Wall Mount

Size: 8"w 20.75"H 11.75"EXT.
1/100W Medium Base

© 1999 Minka Lighting, Inc.

Incandescent

8939-95

Flush Mount

SIZE: 14.5"DIA. 7.5"H
3/40W Candelabra Base
© 1999 Minka Lighting, Inc.

8934-95

Chain Hung

SIzE: 18.5"DIA. 30"H
5/40W Candelabra Base
U.S. Patent(s): D438,660

© 1999 Minka Lighting, Inc.

8933-95

Wall Mount

SI1ZE: 17.5"W 40"H 21.25"EXT.
5/40W Candelabra Base

U.S. Patent(s): D434,522; D437,657;
D438,660

© 1999 Minka Lighting, Inc.

Stratford
Hall’

- |

bawp

=2

-SJ00PINO0JP.

g
=
Z
>
ES
Z
e
8935-95 8931-95 2>
Post Mount Wall Mount gé
SIZE: 12.25"DIA. 23"H SIZE: 12.25"W 25.25"H 14.5"EXT. é%
2/60W Candelabra Base 2/60W Candelabra Base E] '-g

© 1999 Minka Lighting, Inc. © 1999 Minka Lighting, Inc.

www.minkagroup.net



’* Stratford Incandescent
Hall’

8932-95
Wall Mount
SIZE: 13.75"W 33.5"H 16.75"EXT.
4/40W Candelabra Base

U.S. Patent(s): D434,522; D437,657;
D438,660

© 1999 Minka Lighting, Inc.

9094-95

Chain Hung

SIZE: 25.5"DIA. 46"H
9/60W Candelabra Base
U.S. Patent(s): D438,660

© 1999 Minka Lighting, Inc.

A Minka Group® Company

by MINKA-LAVERY®

8936-95 8937-95

Post Mount Wall Mount

SIZE: 14.25"DIA. 28"H S1zE: 8"W 15"H 11.75"EXT.
4/40W Candelabra Base 1/100W Medium Base

U.S. Patent(s): D438,660 © 1999 Minka Lighting, Inc.

© 1999 Minka Lighting, Inc.

thegreatoutdoors:

thegreatoutdoors® By MINKA-LAVERY’



Addison Park

615B - Dorian Bronze™ finish

Etched Opal glass

72311-615B

Wall Mount

SIZE: 5.75"W 10"H 6.75"EXT.
1/100W Medium Base

72313-615B

Wall Mount

SIZE: 9.5"W 16.25"H 10.5"EXT.
1/100W Medium Base

thegreatoutdoors:

FEATURES:

» Aluminum Construction

72312-615B »  Family accepts CFL medium base bulbs (Not Incl.)
Wall Mount

SIZE: 7"W 12.5"H 8"EXT.
1/100W Medium Base

» See Finish Disclaimer on page 184

The Addison Park collection boasts a refined style
and quality workmanship. A Dorian Bronze™ finish
complemented by Etched Opal glass allow for a perfect

balance between modern and transitional design.

www.minkagroup.net



Abbey Lane"

357 - Iron Oxide finish
Mouth Blown Clear Seeded glass

thegreatoutdoors:

FEATURES:

»  Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 9157-357
Wall Mount
»  Also available: SIZE: 13"W 19"H 15.25"EXT.
» 357 Iron Oxide - Fluorescent, page 140-141 4/60W Candelabra Base

»  See Finish Disclaimer on page 184

Welcome your guests in a rustic style with this charming,
nature-inspired collection. Sturdy construction
combined with a durable and distinctive finish assures a

lantern that will light your way for years to come.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

Abbey Lane”

9153-A357
Wall Mount

SIZE: 11"W 14.25"H 12.75"EXT.
3/60W Candelabra Base

9154-A357

Chain Hung

SIZE: 11"DIA. 16.5"H
3/60W Candelabra Base

bawp

9152-A357 3
Wall Mount
SIZE: 9"W 12.5"H 11.75"EXT. a)
2/60W Candelabra Base ~
< o
=Q
Z
20
e
=0
9156-A357 9151-A357 oo g
Post Mount Wall Mount §W “
SIZE: 9"DIA. 16.25"H SIZE: 7"W 10"H 9"EXT. a-g ®
2/60W Candelabra Base 1/60W Medium Base

www.minkagroup.net



Oxford Road

291 - Architectural Bronze with
Copper Highlights finish

Incandescent

Clear Water glass

72294-291

Chain Hung

S1ze: 11"L 11"w 17"H
4/60W Candelabra Base

72291-291

Wall Mount

SIzE: 8.5"W 13.25"H 9.5"EXT.
1/60W Medium Base

72292-291

Wall Mount

SIzE: 11"w 17"H 12"EXT.
4/60W Candelabra Base

FEATURES:

»  Aluminum Construction
» Metal Candle Sleeves

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  See Finish Disclaimer on page 184

A tapered traditional profile and sturdy construction
make this beautiful series a must have. Clear Water glass
and an Architectural Bronze with Copper Highlights

finish add value to this extraordinary collection.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

8299-91
Flush Mount
SIZE: 6.25"L 6.25"W 7.25"H
1/60W Medium Base

8292-91

Wall Mount
SI1ZE: 9"W 14"H 10.25"EXT.
2/60W Candelabra Base

8291-91

Wall Mount

SIZE: 6.5"W 10.5"H 7.75"EXT.
1/100W Medium Base

8296-91
Post Mount
SIZE: 11"L 11"W 24.25"H
4/60W Candelabra Base

Lighting with simple clean lines echoes the historic
originals. These beautifully handcrafted and attractively
finished lanterns will become the focal point of any

home.

Mission Bay™

91 - Antique Bronze finish
Clear Seeded glass

FEATURES:

4

Cast Aluminum Construction
Metal Candle Sleeves

Historic Styling

Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

See Finish Disclaimer on page 184

www.minkagroup.net



Compact Fluorescent

72352-615B-PL

Wall Mount

SIZE: 4.5"W 12.5"H 5"EXT.
1/13W GU24 Spiral CFL Incl.

Sterling
Heights

615B - Dorian Bronze™ finish

Etched Opal glass

72353-615B-PL

Wall Mount

SIZE: 6"W 16.25"H 6.25"EXT.
1/26W GU24 Spiral CFL Incl.

72351-615B-PL

Wall Mount

SIZE: 4.5"W 8"H 5"EXT.
1/13W GU24 Spiral CFL Incl.

FEATURES:
»  Aluminum Construction
» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.) 72356-615B-PL

Post Mount
SIZE: 6"L 6"W 17"H
1/26W GU24 Spiral CFL Incl.

»  See Finish Disclaimer on page 184

Sterling Heights offers a blend of relaxed elegance and
strong lines softened by its Etched Opal glass and Dorian

Bronze™ finish.

thegreatoutdoors” By MINKA-LAVERY



Lumiere de Ville™

66 - Black finish
Etched Opal glass

72041-A66-PL

Wall Mount

SIzZE: 11.75"W 8.5"H 7.25"EXT.
1/13W GU24 Spiral CFL Incl.

72042-A66-PL

Wall Mount

SIZE: 9"W 14.25"H 7.25"EXT.
1/13W GU24 Spiral CFL Incl.

thegreatoutdoors:

FEATURES:

»  Aluminum Construction

» Hand Applied Multi-Step Finish
» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

72046-A66-PL » See Finish Disclaimer on page 184
Post Mount

SIZE: 9"L 5.75"W 15.5"H

1/13W GU24 Spiral CFL Incl.

Streamlined shapes and sleek textures accentuate this
unique collection of mid-20®" Century modern inspired

lighting.

www.minkagroup.net



Vista Delmar

144 - Brushed Stainless Steel finish
Etched Opal glass

72191-144

Wall Mount

SIZE: 6.75"W 13"H 5.5"EXT.
1/100W Medium Base

72192-144

Wall Mount

SIZE: 8.75"W 18.5"H 6.75"EXT.
1/100W Medium Base

72196-144

Post Mount

S1zE: 8.75"L 5.75"W 19.75"H
1/100W Medium Base

FEATURES:
»  Stainless Steel Construction
»  Family accepts CFL medium base bulbs (Not Incl.)

»  See Finish Disclaimer on page 184

Stainless Steel and Etched Opal glass are combined to
create this exciting new lantern. Designed to be at home
in both coastal and inland settings this high performance

series is sure to please.

thegreatoutdoors” By MINKA-LAVERY



Compact Fluorescent Arc h

357 - Iron Oxide finish
Etched Opal glass

72101-357-PL

Pocket Lantern

SIZE: 6"W 11"H 4"EXT.
1/13W GU24 Spiral CFL Incl.

ey
( ADA )
COMPLIANT,

72103-357-PL

Pocket Lantern

SIZE: 8"W 20"H 4"EXT.
2/13W GU24 Spiral CFL Incl.

COMPLIANT

FEATURES:
» Hand Applied Multi-Step Finish
» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)
72106-357-PL
Post Mount

S1zE: 8"DIA. 17"H
1/26W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

Soft, subtle Etched Opal glass dominates this simple, yet

elegant contemporary family.

www.minkagroup.net



Bay View"
143 - Oil Rubbed Bronze finish
144 - Brushed Stainless Steel finish thegreatoutdoors:

Etched Opal glass

FEATURES:

4
4
4

9803-144

Pocket Lantern

S1ZE: 8"W 20"H 4.5"EXT.
2/60W Medium Base

Stainless Steel Construction

Ideal for areas with harsh weather conditions
Family accepts CFL medium base bulbs (Not Incl.)

Also available:
» 143 Oil Rubbed Bronze - Fluorescent,
page 118-119
» 144 Brushed Stainless Steel - Fluorescent,
page 118-119 OROD
See Finish Disclaimer on page 184 Pocket Lantern
S1zE: 8"W 20"H 4.5"EXT.
2/60W Medium Base

M

Fresh, clean and contemporary describes our Bay View'
collection. Offered in two finishes and three sizes, this

series will enhance any exterior.

thegreatoutdoors® By MINKA-LAVERY'



Incandescent

9802-143 9801-144
Pocket Lantern Pocket Lantern

" [ " S1zZE: 7"W 9-5“H 4"EXT.
SIZE: 7.75"W 12"H 4.5"EXT. .
9802-144 2/60W Medium Base 1/60W Medium Base

Pocket Lantern ~ADA
SIZE: 7.75"W 12"H 4.5"EXT. COMPUANT

2/60W Medium Base

Bay View"

bawp

9801-143

Pocket Lantern g
SIZE: 7"W 9.5"H 4"EXT. Z
1/60W Medium Base E

Ami) z
COMPLIANT. %?
o
=
9806-144 9806-143 Ses!
Post Mount Post Mount ix
S1zE: 8"DIA. 12.5"H S1ZE: 8"DIA. 12.5"H 2 "g

-SJ00PINO0JP.

1/100W Medium Base 1/100W Medium Base

www.minkagroup.net



Geox

615B - Dorian Bronze™ finish

Brushed Aluminum Center Accent

72371-615B

Pocket Lantern

SIZE: 6"W 14"H 3"EXT.
2/35W GU10 Halogen Incl.

“ADA )
COMPLIANT

FEATURES: 72372-615B

Pocket Lantern ®
> Aluminum Construction e g 1 3s 3 ex thegreatoutdoors
»  See Finish Disclaimer on page 184 4/35!"\6”10 Halogen Incl,

“ADA

COMPLANT

The fresh new face of contemporary! Crafted in
aluminum, finished in a rich Dorian Bronze™ and
accented by a subtle brushed aluminum insert, this
casual architectural design is equally at home in any
location.

thegreatoutdoors® By MINKA-LAVERY'



Casona Square

615B - Dorian Bronze™ finish

Etched White Opal glass

72341-615B
Wall Mount
S1zE: 8"W 8"H 4.25"EXT.
1/40W G9 Xenon Incl.
72343-615B
Wall Mount
S1zE: 8"W 18"H 4.25"EXT.
1/40W G9 Xenon Incl.
72342-615B
Wall Mount
S1zE: 8"W 13"H 4.25"EXT.
1/40W G9 Xenon Incl.

FEATURES:
»  Aluminum Construction

» See Finish Disclaimer on page 184

Fulfilling the call for clean, contemporary-styled
designs, Casona Square, with its bold lines and Dorian
Bronze™ finish, offers a fresh approach to outdoor
lighting.

www.minkagroup.net



Westgate

246 - Alder Bronze finish
Clear Seeded glass

72381-246
Wall Mount
FEATURES: SIZE: 4.75"W 13"H 4.25"EXT.
1/35W GU10 Halogen Incl.
»  Aluminum Construction
»  Recessed Light Source
. 72382-246
»  IDA-Approved Wall Mount
s et SIZE: 7"W 15.75"H 4.5"EXT.
»  See Finish Disclaimer on page 184 1/35W 6U10 Halogen Tncl, thegreatoutdoors

When "less is more". Clean and architectural, Westgate
offers a modern appeal softened by beautiful Clear
Seeded glass combined with a warm Alder Bronze finish
and hidden light source.

thegreatoutdoors” By MINKA-LAVERY



72321-247

Wall Mount
72322-247 SIZE: 4.75"W 11"H 3.5"EXT.
Wall Mount 1/35W GU10 Halogen Incl.
SIZE: 4.75"W 15"H 3.5"EXT. R
1/35W GU10 Halogen Incl. / cgg;ﬁ )

N
- ADA )
COMPLIANT,

Balanced effortlessly between the simplicity of modern
lifestyles and understated elegance, the Soare, with
its faceted Eidolon Krystal™ glass illuminated by a
discretely hidden light source, brings contemporary
sophistication to any home.

Soare

247 - Tinted Silver finish
Faceted Eidolon Krystal™ glass

FEATURES:

14
14
14

Aluminum Construction

Hand Applied Multi-Step Finish
Recessed Light Source
IDA-Approved™

See Finish Disclaimer on page 184

www.minkagroup.net



Lugarno Square”

173 - Forged Silver finish
Etched White glass

615B - Dorian Bronze™ finish
Amber Art glass

72011-A615B-PL

Wall Mount

SIZE: 7.5"W 14"H 8.5"EXT.
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D586,493

72012-A615B-PL
Wall Mount

SIZE: 9"W 15.75"H 9"EXT.
1/26W GU24 Spiral CFL Incl.
Photocell Incl.

U.S. Patent(s): D586,493

72016-A615B-PL

Post Mount

SIZE: 9"L 6.5"W 17.25"H
1/26W GU24 Spiral CFL Incl.
U.S. Patent(s): D586,493

thegreatoutdoors:

FEATURES:

»  Cast Aluminum Construction

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)

»  See Finish Disclaimer on page 184

Clean simple styling with an Arts and Crafts flavor.
Created for those who appreciate honest unassuming

good looks and purity of form.

thegreatoutdoors” By MINKA-LAVERY



Compact Fluorescent

Lugarno Square”

72012-A173-PL

Wall Mount

SIZE: 9"w 15.75"H 9"EXT.
1/26W GU24 Spiral CFL Incl.
U.S. Patent(s): D586,493

72011-A173-PL

Wall Mount

SIZE: 7.5"W 14"H 8.5"EXT.
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D586,493

bawp
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72016-A173-PL §J<>
Post Mount °m
SIZE:9"L 6.5"W 17.25"H e
1/26W GU24 Spiral CFL Incl. 275

-SJ00PINO0JP.

U.S. Patent(s): D586,493
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Valencia Bay

298 - Aged Kinston Bronze finish

Double French Scavo glass

9822-298

Pocket Lantern

SIzE: 8"W 16.25"H 5"EXT.
2/60W Candelabra Base

FEATURES:

»  Aluminum Construction 0821-298

Pocket Lantern

S1ZE: 5.75"W 11"H 4.5"EXT.
»  Multi-Step Painted Finish 1/60W Candelabra Base

» Triangular glass

»  Family accepts CFL candelabra base bulbs
(NotIncl.)

»  See Finish Disclaimer on page 184

A clean simple lantern series combining extraordinary

value with classic styling.

m thegreatoutdoors® By MINKA-LAVERY’



Delshire Point

166 - Corona Bronze™ finish

Cream Linen glass

9812-166

Pocket Lantern

SIZE: 6.5"W 12"H 4"EXT.
1/60W Medium Base

i
. ADA )
COMPLIANT,

9813-166

Pocket Lantern

Size: 8.5"w 15.5"H 5.5"EXT.
2/60W Medium Base

FEATURES:
» Cast Aluminum Construction

» Hand Applied Multi-Step Finish

9811-166

Pocket Lantern

SIZE: 5.5"W 8.25"H 4"EXT.
1/60W Medium Base

AnA‘)
COMPLIANT.

»  Family accepts CFL medium base bulbs (Not Incl.)

» See Finish Disclaimer on page 184

Bold transitional styling makes this series a complement
to today's clean architectural designs. Offered in three

sizes with Cream Linen glass and sturdy cast aluminum.

www.minkagroup.net



Townsend"

51 - Rust finish
Clear Seeded glass

8582-51

Wall Mount

SIzE: 9"W 20.5"H 10.5"EXT.
3/60W Candelabra Base

8581-51

Wall Mount

SIZE: 6.25"W 14.5"H 7.75"EXT.
1/100W Medium Base

FEATURES:
»  Brass Construction
»  Multi-Step Chemical Finish

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

8586-51
Post Mount

SI1zE: 9"L 9"w 18.25"H
3/60W Candelabra Base

»  See Finish Disclaimer on page 184

The Townsend™ family of traditional lanterns is
constructed from solid brass with hand soldered Clear
Seeded glass panels. The "stiles" reflect the rivet and
solder construction of the era. The lanterns are offered
in a Rust finish.

thegreatoutdoors® By MINKA-LAVERY'



Spyglass

Cove

189 - Chelesa Bronze™ finish
Mouth Blown Clear Seeded glass

FEATURES:

»  Aluminum Construction

»  Multi-Step Painted Finish

»  Family accepts CFL medium base bulbs (Not Incl.)

» See Finish Disclaimer on page 184

72261-189
Wall Mount
SI1ZE: 9"W 14"H 11.75"EXT.

1/100W Medium Base The romance of the lighthouse is the

inspiration for this beautiful lantern.
The handsome Chelesa Bronze™ finish
and Mouth Blown Clear Seeded glass
combine to make history now.

Urban

Retreat

298 - Aged Kinston Bronze finish

72262-189

Wall Mount

S1zE: 12"W 17.5"H 15"EXT.
1/100W Medium Base

9842-298

Wall Mount

S1zE: 7.5"W 12.5"H 6"EXT.
1/60W Medium Base

Cream Linen glass

FEATURES:
»  Aluminum Construction
» Hand Applied Multi-Step Finish

» Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

» See Finish Disclaimer on page 184

Aged Kinston Bronze metal work is

9841-298 . .

Wall Mount offset with Cream Linen glass to
S1ZE: 6.75"W 9.5"H 4.75"EXT. 5 3

1/60W Candelabra Base create a timeless classic.

www.minkagroup.net



Lynnfield

143C - Oil Rubbed Bronze
with Gold Highlights finish

Ribbed Clear Seeded glass

FEATURES:

»

4
4
4

thegreatoutdoors:

Aluminum Construction
Metal Candle Sleeves
Open Bottom

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 72233-143C NEW
. . s Wall Mount
See Finish Disclaimer on page 184 SIZE: 8"W 19"H 9.25"EXT.
3/60W Candelabra Base

The dignity of the past resonates in harmony within
the Lynnfield collection. Traditional styling, beautiful
Ribbed Clear Seeded glass, an exaggerated lantern
handle and the Oil Rubbed Bronze with Gold Highlights
finish reflect the comfort of the traditional American
heritage.

thegreatoutdoors® By MINKA-LAVERY'



Incandescent

Lynnfield

72234-143CNEW
Chain Hung

SIZE: 6.25"DIA. 16"H
1/100W Medium Base

72231-143CNEW

Wall Mount

SIzE:5"W 11.5"H 5.75"EXT.
1/60W Medium Base

72232-143CNEW

Wall Mount

SIZE: 6.25"W 16.5"H 7.25"EXT.
1/100W Medium Base

bawp
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Castle Ridge™

161 - Mossoro Walnut™ with
Silver Highlights finish

Clear Seeded glass

FEATURES:

»

thegreatoutdoors:

Cast Aluminum Construction
Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior

foyer or stairwell applications 9233-161

Wall Mount

SIZE: 11.5"W 25.75"H 13"EXT.
3/60W Candelabra Base

U.S. Patent(s): D510,454; D510,455;
See Finish Disclaimer on page 184 D539,467

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

A gracious and distinguished collection inspired by the

historic houses of the early 20™ Century.

m thegreatoutdoors® By MINKA-LAVERY’



9234-161
Chain Hung
SIZE: 11.5"DIA. 22.75"H
3/60W Candelabra Base
U.S. Patent(s): D510,454

Castle Ridge”

9231-161
Wall Mount
SIZE: 7"W 15"H 9"EXT.
1/100W Medium Base

U.S. Patent(s): D510,454; D510,455;
D539,467

9236-161
Post Mount
SIzE: 11.5"DIA. 22.75"H
3/60W Candelabra Base
U.S. Patent(s): D510,454

Incandescent

9232-161
Wall Mount
SIzE: 8.5"W 17.25"H 9.5"EXT.
2/60W Candelabra Base

U.S. Patent(s): D510,454; D510,455;
D539,467

bawp
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Winward Manor

66 - Black finish

Incandescent

Clear glass

72282-66

Wall Mount

Size: 8.5"W 15.5"H 10.5"EXT.
3/60W Candelabra Base

72281-66

Wall Mount

SIZE: 6.5"W 11.75"H 8.5"EXT.
1/60W Medium Base

thegreatoutdoors
FEATURES:
»  Aluminum Construction with Cast Elements 72286-66
Post Mount
» Metal Candle Sleeves S1zE: 8.5"L 8.5"W 19"H
3/60W Candelabra Base

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  See Finish Disclaimer on page 184

Clear glass and a strong aluminum construction
assure this series will provide beauty and light for

many years.

E thegreatoutdoors® By MINKA-LAVERY’



Harrison’

66 - Black finish

Clear Beveled glass

FEATURES:
» Cast Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Finish

» Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

» Alsoavailable:
» 61 Vintage Rust” - Incandescent, page 12-14
» 61 Vintage Rust” - Fluorescent, page 134-135

8693-66
Wall Mount
SizE: 12"W 33.5"H 16"EXT.
4/60W Candelabra Base
U.S. Patent(s): D457,681; D461,591;
D463,062

» See Finish Disclaimer on page 184

The quiet elegance of the Harrison™ series is sure to
make this design a classic. A unique arm and top detail

combine with Clear Beveled glass to create a work of art.

www.minkagroup.net m



Incandescent

8692-66

Wall Mount

SIzE: 10"W 27.75"H 13.25"EXT.
3/60W Candelabra Base

U.S. Patent(s): D457,681; D461,501;
D463,062

8691-66
Wall Mount
SIzE: 7.5"W 21"H 10.25"EXT.
2/60W Candelabra Base

U.S. Patent(s): D457,681; D461,591;
D463,062

Harrison"

A Minka Group® Company

by MINKA-LAVERY®

8690-66

Wall Mount

SIZE: 6.25"W 11.5"H 7.75"EXT.
1/100W Medium Base

U.S. Patent(s): D463,062

8696-66

Post Mount

SIzE: 10"L 10"W 25.75"H
3/60W Candelabra Base
U.S. Patent(s): D457,681

thegreatoutdoors:

thegreatoutdoors” By MINKA-LAVERY"



Incandescent

‘

8694-66

Chain Hung

Size: 12"L 12"w 28.75"H
4/40W Candelabra Base
U.S. Patent(s): D457,681

8697-66

Pocket Lantern

SIZE: 7.5"W 14.75"H 4.75"EXT.
1/100W Medium Base

Harrison”

bawp
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8695-66
Post Mount g
SIZE: 7.5"L 7.5"W 20"H =
3/40W Candelabra Base E
U.S. Patent(s): D457,681 ;§>§
£
o
=
8698-66 °m
Pocket Lantern g A
SIzE: 10"W 18.25"H 6.5"EXT. = "Sg
3/40W Candelabra Base
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Las Brisas

171 - Architectural Bronze finish
Driftwood glass

72363-171
Wall Mount
72362-171 SIZE: 10.5"W 19"H 13"EXT.
Wall Mount 1/100W Medium Base
S1ze: 8.75"W 16"H 11"EXT.
1/100W Medium Base
thegreatoutdoors:
FEATURES:
»  Aluminum Construction
» Hand Applied Multi-Step Finish 72361-171
Wall Mount

»  Family accepts CFL medium base bulbs (Not Incl.) i (9 AT ST

»  See Finish Disclaimer on page 184 1/60W Medium Base

This collection offers a design that is fresh yet warm,
timeless yet fashionable and sophisticated. The open
pattern design performs a silent light show. The artful
contrast of the Architectural Bronze finish and Driftwood
glass offers a versatile palette for any home.

thegreatoutdoors® By MINKA-LAVERY'



Ardmore”

61 - Vintage Rust™ finish

Mouth Blown Clear Hammered glass

FEATURES:

» Cast Aluminum Construction

» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

» Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

8993-61 bulbs (Not Incl.), refer to item specifications
Wall Mount )
SIZE: 15"W 38.5"H 22"EXT. » Alsoavailable:

5/60W Candelabra Base » 66 Black - Incandescent, page 76-77

DL S —— » 61 Vintage Rust™ - Fluorescent, page 132-133

D455,856

© 2000 Minka Lighting, Inc. » See Finish Disclaimer on page 184

Sculptured lines define this Vintage Rust” series. The
mouth blown Hammered glass adds an historic touch
to this unique collection. Ardmore™ is generously
scaled to be used for both residential and commercial
applications.

www.minkagroup.net



Incandescent

Ardmore”

8989-61

Pocket Lantern

SIzE: 11"W 19.25"H 7.75"EXT.
3/40W Candelabra Base

’

8991-61

Wall Mount

SIZE: 9.5"W 24.5"H 15"EXT.
2/60W Candelabra Base

U.S. Patent(s): D454,654; D455,515;
D455,856

© 2000 Minka Lighting, Inc.

g_ >
o g
s
> 8999-61
E 3 Flush Mount
L E S1zE: 8.5"DIA. 12"H
§§ 1/60W Medium Base
<

Z
=

z

8995-61

Post Mount
8996-61 S1zE: 9.5"DIA. 23.75"H
Post Mount 2/60W Candelabra Base
Size: 12"DIA. 28.75"H U.S. Patent(s): D455,515
3/60W Candelabra Base © 2000 Minka Lighting, Inc.

U.S. Patent(s): D455,515
© 2000 Minka Lighting, Inc.

thegreatoutdoors:

thegreatoutdoors® By MINKA-LAVERY"



Incandescent

9909-61

Flush Mount

SIzE: 11.75"DIA. 8.5"H
2/40W Candelabra Base

Ardmore”

8994-61
Chain Hung
S1zE: 15"DIA. 35.75"H
5/60W Candelabra Base
U.S. Patent(s): D455,515

© 2000 Minka Lighting, Inc.
8992-61

Wall Mount
SIzE: 12"W 31.5"H 18.5"EXT.
3/60W Candelabra Base

U.S. Patent(s): D454,654; D455,515;
D455,856
© 2000 Minka Lighting, Inc.

bawp

8988-61

Pocket Lantern

SIzE: 7.75"W 13.25"H 5.5"EXT.
1/100W Medium Base

-SJ00PINO0JP.
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8997-61 8990-61 ;;
Wall Mount Wall Mount o
SIzE:7.75"W 17.5"H 10"EXT. SIZE:7.75"W 19.75"H 12.25"EXT. 1%@3<>
1/100W Medium Base 1/100W Medium Base TS|
U.S. Patent(s): D455,515; D455,856 A
© 2000 Minka Lighting, Inc. 2 "g
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Ardmore”

66 - Black finish

Mouth Blown Clear Hammered glass

FEATURES:

4
4
4

thegreatoutdoors:

Cast Aluminum Construction
Metal Candle Sleeves
Hand Applied Finish

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

Also available:
» 61 Vintage Rust™ - Incandescent, page 73-75
» 61 Vintage Rust™ - Fluorescent, page 132-133

8992-66

Wall Mount

SIze: 12"w 31.5"H 18.5"EXT.
3/60W Candelabra Base

U.S. Patent(s): D454,654; D455,515;
D455,856

© 2000 Minka Lighting, Inc.

See Finish Disclaimer on page 184

Sculptured lines define this Ardmore™ Black finish series.
The Mouth Blown Clear Hammered glass adds an historic
touch to this unique collection. Ardmore™ is generously
scaled to be used for both residential and commercial
applications.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

9909-1-66
Flush Mount
SIZE: 11.75"DIA. 8.5"H
2/40W Candelabra Base

8997-66

Wall Mount

S1zE: 7.75"W 17.5"H 10"EXT.
1/100W Medium Base

8991-66
Wall Mount

SIZE: 9.5"W 24.5"H 15"EXT.
2/60W Candelabra Base

U.S. Patent(s): D454,654; D455,515;
D455,856
© 2000 Minka Lighting, Inc.

8988-66

Pocket Lantern

SIzE: 7.75"W 13.25"H 5.5"EXT.
1/100W Medium Base

bawp

Ardmore"
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8995-66 8990-66 £
Post Mount Wall Mount 5;":
SIZE: 9.5"DIA. 23.75"H SIZE:7.75"W 19.75"H 12.25"EXT. =
2/60W Candelabra Base 1/100W Medium Base g™
U.S. Patent(s): D455,515 U.S. Patent(s): D455,515; D455,856 g 3
© 2000 Minka Lighting, Inc. © 2000 Minka Lighting, Inc. ®
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Mallorca™

61 - Vintage Rust™ finish
Powder Coat

Champagne Hammered glass

thegreatoutdoors:

FEATURES:

» Handcrafted Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  Also available:
» 39 Spanish Iron™ - Incandescent, page 80-81
» 39 Spanish Iron™ - Fluorescent, page 136-137

8883-A61

Wall Mount

SIZE: 12.5"W 41.25"H 16.5"EXT.
5/60W Candelabra Base

U.S. Patent(s): D461,593; D465,604

»  See Finish Disclaimer on page 184

Capturing the spirit of the coast, Mallorca™ has smooth
graceful curves and elegant Champagne Hammered
glass. The Mallorca™ collection also features a Vintage
Rust™ Powder Coat finish that accents the twisted
wroughtiron detail. This well crafted series will add to
the ambiance of any home.

thegreatoutdoors” By MINKA-LAVERY



Incandescent

8889-A61

Flush Mount

SIzE: 12.75"DIA. 7"H
3/40W Candelabra Base

8884-A61
Chain Hung
SIzE: 12.75"DIA. 31.75"H
5/60W Candelabra Base
U.S. Patent(s): D465,604
8887-A61
Pocket Lantern 8882-A61
Wall Mount

SIZE: 10.5"W 19.5"H 5.5"EXT.

2/60W Candelabra Base SIZE: 10.5"W 34.25"H 13.5"EXT.

4/60W Candelabra Base
U.S. Patent(s): D461,593; D465,604

Mallorca”

bawp
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—t
8880-A61 :
Wall Mount o3
SIZE:7.5"W 16"H 9.25"EXT. < e
1/100W Medium Base g n
L2
20
>0
8885-A61 8881-A61 §><>
Post Mount Wall Mount e .
SIZE: 9"DIA. 22.5"H SIzE: 8.75"W 28.25"H 11.5"EXT. 53 “
~ 13/60W Candelabra Base 2/60W Candelabra Base 8 T g

U.S. Patent(s): D461,593; D465,604

www.minkagroup.net



Mallorca™

39 - Spanish Iron™ finish
Powder Coat

Champagne Hammered glass

thegreatoutdoors:

FEATURES:

»

Handcrafted Aluminum Construction
Metal Candle Sleeves
Hand Applied Multi-Step Finish

Chain Hung Style can also be used for interior
foyer or stairwell applications

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

Also available:
» 61 Vintage Rust”™ - Incandescent, page 78-79
» 39 Spanish Iron™ - Fluorescent, page 136-137

8883-A39

Wall Mount

SIZE: 12.5"W 41.25"H 16.5"EXT.
5/60W Candelabra Base

U.S. Patent(s): D461,593; D465,604

See Finish Disclaimer on page 184

Capturing the spirit of the coast, Mallorca™ has smooth
graceful curves and elegant Champagne Hammered
glass. The Mallorca™ collection also features a rustic
Spanish Iron™ Powder Coat finish that accents the
twisted wrought iron detail. This well crafted series will
add to the ambiance of any home.

m thegreatoutdoors® By MINKA-LAVERY’



Incandescent

8889-A39
Flush Mount
SIZE: 12.75"DIA. 7"H
3/40W Candelabra Base
-
8880-A39
Wall Mount
SIZE: 7.5"W 16"H 9.25"EXT.
1/100W Medium Base
8884-A39
Chain Hung
SIzE: 12.75"DIA. 31.75"H
5/60W Candelabra Base
U.S. Patent(s): D465,604

Mallorca”

Wall Mount

SIZE: 10.5"W 34.25"H 13.5"EXT.
4/60W Candelabra Base

U.S. Patent(s): D461,593; D465,604

8887-A39
Pocket Lantern
SIZE: 10.5"W 19.5"H 5.5"EXT.
2/60W Candelabra Base

bawp
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8881-A39 8885-A39 8886-A39 %@:E
Wall Mount Post Mount Post Mount e
S1zE: 8.75"W 28.25"H 11.5"EXT. SIzE: 9"DIA. 22.5"H SIZE: 10.5"DIA. 26"H E 3
2/60W Candelabra Base 3/60W Candelabra Base 4/60W CandelabraBase ~~ &

U.S. Patent(s): D461,593; D465,604
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Marietta™

161 - Mossoro Walnut™ with
Silver Highlights finish

Clear Water glass

FEATURES:

4
>
4

Cast Aluminum Construction

Metal Candle Sleeves

Hand Applied Multi-Step Finish
8793-161

Wall Mount

S1ZE: 12"W 40"H 17.5"EXT.

4/60W Candelabra Base

Hinged Door

U.S. Patent(s): D463,062

Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

See Finish Disclaimer on page 184

Clean graceful lines complemented by Clear Water
glass and Mossoro Walnut™ with Silver Highlights make
Marietta” both unique and beautiful. Sturdy cast
aluminum construction and a powder coat finish assure
that its beauty will not fade with the passing years.

thegreatoutdoors’ By MINKA-LAVERY



Incandescent

8799-161

Flush Mount

S1ZE: 14"L 14"W 8"H
2/60W Medium Base

Marietta”
8791-161
Wall Mount
SIzE: 8"W 26.75"H 12.75"EXT.

3/60W Candelabra Base

Hinged Door
U.S. Patent(s): D463,062

8790-161
Wall Mount 8792-161
SIZE: 6.25"W 11.5"H 8"EXT. Wall Mount

1/100W Medium Base SIZE: 10"W 33.25"H 14.25"EXT.

4/60W Candelabra Base
Hinged Door

8797-161 U.S. Patent(s): D463,062
Pocket Lantern
S1ZE: 7.75"W 14.5"H 4.75"EXT.

¢

1/100W Medium Base

bawp
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8796-161 8795-161 8798-161 <
Post Mount Post Mount Pocket Lantern é %
SIzE: 10"L 10"W 26.75"H S1ze: 8"L 8"w 21.75"H SIzE: 10"w 18.75"H 6.5"EXT. 2 =<
4/40W Candelabra Base 3/40W Candelabra Base 3/40W Candelabra Base e
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Morgan Park”

94 - Heritage™ finish
Mouth Blown Clear Optic glass

FEATURES:

»  Cast Aluminum Construction

» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  See Finish Disclaimer on page 184

thegreatoutdoors® By MINKA-LAVERY'

8842-94

Wall Mount

SIZE: 12.25"W 32.75"H 13.75"EXT.
3/60W Candelabra Base

™

Inspired by vintage European lanterns, Morgan Park
is simple, strong and beautiful. Available in various
sizes, this series is offered in our Heritage™ finish,

complemented by Mouth Blown Clear Optic glass.



Incandescent

9909-94 I

Flush Mount
SIZE: 11.75"DIA. 9.75"H
2/40W Candelabra Base

8847-94
8844-94 Wall Mount
Chain Hung SIZE: 7.5"W 17.25"H 9.25"EXT.
SIZE: 15"DIA. 35.5"H 1/100W Medium Base
5/60W Candelabra Base
8840-94

Pa rk"" Wall Mount
SIZE: 7.5"W 17.5"H 9.25"EXT.

1/100W Medium Base

bawp
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8846-94 f_§
Post Mount e
Size: 12"DIA. 28.5"H £Z
3/60W Candelabra Base 8845-94 8841-94 o
Post Mount Wall Mount e
SIzE: 7.5"DIA. 17.5"H S1ZE: 9.75"W 26"H 11"ExT. 27§

1/100W Medium Base 2/60W Candelabra Base
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Montanero™

161 - Mossoro Walnut™
with Silver Highlights finish

Champagne Hammered glass

S5k

Bpgsnsnlmi

FEATURES:
» Cast Aluminum Construction
» Metal Candle Sleeves

» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 8752-161

Wall Mount
S1zE: 12.25"W 26.5"H 13.75"EXT.
3/60W Candelabra Base

» See Finish Disclaimer on page 184

Heavy casting, luxurious finish and elegant Champagne
Hammered glass provide sophistication unique in any
lantern. Montanero™ will accent the home in the opulence

that it deserves.
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Incandescent

8751-161

Wall Mount

SIZE: 9.75"W 20.75"H 11"EXT.
2/60W Candelabra Base

8750-161

Wall Mount

SIZE: 7.5"W 17"H 9.5"EXT.
1/100W Medium Base

Montanero”

bawp

-SJ00PINO0JP.

g
=
L2
8755-161 8756-161 =3
Post Mount Post Mount e
SIZE: 7.75"DIA. 17.5"H SIZE: 12.25"DIA. 25.5"H £
1/100W Candelabra Base 3/60W Candelabra Base §§
iA
2=
@
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Kirkham™ LED

138 - Aspen Bronze™ finish
Metal shade

8101-A138-L NEW
Wall Mount

S1zE: 8.5"W 6"H 10.5"EXT.
1/10W LED Incl.

8102-A138-L NEW

Wall Mount

SIZE: 11"W 6.5"H 12.25"EXT.
1/10W LED Incl.

L5

FEATURES:

»  Aluminum Construction

» Recessed Light Source

» IDA-Approved”

» 10 Watt, 2700K LED (Incl.)

8106-A138-L NEW

Post Mount" o » Alsoavailable:
SIZE: 11.75"L 8.5"W 11"H » 138 Aspen Bronze™ - Incandescent Dark-Sky,
1/10W LED Incl.

page 110

» See Finish Disclaimer on page 184

Kirkham™ is a full cutoff, International Dark-Sky
approved outdoor fixture. A hammered Aspen Bronze”
hood and back plate with a discrete LED light source

offer unique character not often found in this category.
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Merrimack” LED

66 - Black finish

Clear Hammered glass

FEATURES:

4
4
4

thegreatoutdoors:

Cast Aluminum Construction
Recessed Light Source
10 Watt, 2700K LED (Incl.)

L5

Chain Hung Style can also be used for interior
foyer or stairwell applications

Also available:
» 166 Corona Bronze™ - Incandescent, page 16-17

» 166 Corona Bronze" - Fluorescent, page 116 8763-66-L NEW

Wall Mount
See Finish Disclaimer on page 184 SIZE: 10"W 20"H 12"EXT.

1/10W LED Incl.

A true Minka® classic revamped for today's energy savvy
consumer, Merrimack™ offers a Black finish and recessed
LED light source, which beautifully illuminates its Clear

Hammered glass.
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Merrimack®

8762-66-L NEW

Wall Mount

S1zE: 8"W 16.25" 9.5"EXT.
1/10W LED Incl.

8764-66-L NEW
Chain Hung

SIZE: 10"DIA. 18.25"H
1/10W LED Incl.

D)
™
(o)
2
=Q
Z.
£0
8761-66-L NEW 8766-66-L NEW ‘EL‘_
Wall Mount Post Mount g > °
SIZE: 6.25"W 12.25"H 7.75"EXT. SIzE: 8"DIA. 19.25"H gé -y
1/10W LED Incl. 1/10W LED Incl. EpsS
Clear Hammered Glass and =< “
Frosted White Glass )

www.minkagroup.net



Wynterfield LED

51 - Rust finish

Clear Seeded glass

FEATURES:

»

4
4
4

thegreatoutdoors:

Aluminum Construction
Recessed Light Source
10 Watt, 2700K LED (Incl.)

Chain Hung Style can also be used for interior

foyer or stairwell applications 72413-51-L NEW
. . s Wall Mount
See Finish Disclaimer on page 184 SIzE: 18?.; 22.25"H 11.75"EXT.
1/10W LED

Fashionable and functional with an emphasis on energy
conservation, Wynterfield offers traditional styling with
a modern mindset. With its LED light source vibrantly
illuminating its Clear Seeded glass, Wynterfield is sure
to please.
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Wynterfield

72414-51-L NEW
Chain Hung
SIzE: 8.5"DIA. 19"H
1/10W LED

72412-51-L NEW
Wall Mount

S1zE: 8.5"W 18.75"H 9.75"EXT.
1/10W LED

L

72416-51-L NEW

Post Mount

SI1zE: 8.5"DIA. 19.25"H 72411-51-L NEW

1/10W LED Wall Mount

Clear Seeded Glass and SIZE: 6.75"W 15.5"H 8.25"EXT.
Frosted White Glass 1/10W LED

baun

Kuedwio) ,dnoin eyuIy v

oAATAYT-VININ

-SJ00PINO0JP.
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Wickford Bay™ LED

357 - Iron Oxide finish
Clear Seeded glass

thegreatoutdoors:

FEATURES:

»  Aluminum Construction

»  Recessed Light Source

» 10 Watt, 2700K LED (Incl.)

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

» Alsoavailable:
» 357 Iron Oxide - Incandescent, page 15

8273-A357-L NEW

Wall Mount

SIZE: 11.25"W 22"H 11.25"EXT.
1/10W LED Incl.

»  See Finish Disclaimer on page 184

M

The same relaxed elegance of the original Wickford Bay'
now offered in LED. This family features Clear Seeded
glass, traditional venting and a beautiful hand-applied

multi-step finish.
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S1zE: 11.25"L 9.75"W 14.25"H
1/10W LED Incl.
Wickford y
BayTM
8272-A357-L NEW
Wall Mount
S1ZE: 9"W 19.5"H 9.75"EXT.
1/10W LED Incl.

8274-A357-L NEW
Chain Hung

LED)

baun

-SJ00PINO0JP.

g“

8271-A357-L NEW E

Wall Mount L2

SIZE: 6.75"W 10.5"H 7.25"EXT. 38

8276-A357-L NEW 1/10W LED Incl. gfll_
Post Mount ] >
S1zE: 11.25"L 9.75"W 17.75"H §<
1/10W LED Incl. 3 %
5
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Lauriston Manor LED

143C - Oil Rubbed Bronze with
Gold Highlights finish

Clear Seeded glass

I"ED

FEATURES:
»  Aluminum Construction
» Hand Applied Multi-Step Finish

» Recessed Light Source

» 10 Watt, 2,700K LED (Incl.) ngl-’f?qiui?“
»  See Finish Disclaimer on page 184 SI1zE: 9"W 15.75"H 11"EXT.
1/10W LED Incl.

Lauriston Manor offers a fresh interpretation of a true
classic design. Recessed LED lighting dances against the
Clear Seeded glass creating a truly unique display that is

sure to last as a timeless expression of personal style.
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72391-143C
Wall Mount

S1zE: 5.5"W 10"H 7"EXT.
1/10W LED Incl.
72392-143C
Wall Mount
SIZE: 7"W 13"H 8.75"EXT.
1/10W LED Incl.

Lauriston Manor

baun

-SJ00PINO0JP.

g

=

Z.

5

72396-143C gll_
Post Mount E >
SIZE:7"L 7"W 15"H §§
1/10W LED Incl. =P
3
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Allendale Park P

262 - Allendale Bronze finish

EVER-PRO"
Clear Seeded glass

FEATURES:

»  Ever-Pro™ Polymer Construction
3 Year Limited Warranty

» Metal Candle Sleeves
» Hand Applied Multi-Step Finish

»  Chain Hung Style can also be used for interior
foyer or stairwell applications 9263-262

Wall Mount

SIzE: 12.5"W 25.5"H 14.5"EXT.

3/60W Candelabra Base

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  See Finish Disclaimer on page 184

&

EVER-PRO"

Welcome to Allendale Park, a special mix of world
influences. Classic scroll work is paired with traditional
scrolled arm and Clear Seeded glass to create a
masterpiece. Constructed of durable Ever-Pro™ Polymer
for long life, this series is sure to be a lasting favorite
with all who value quality and style.

m thegreatoutdoors® By MINKA-LAVERY’



Incandescent

Allendale
Park

A

EVER-PRO"
9264-262 9262-262
Chain Hung Wall Mount
SIZE: 12.5"DIA. 22"H SIZE: 10"W 21.75"H 12.25"EXT.
3/60W Candelabra Base 2/60W Candelabra Base

9260-262
Wall Mount
SIZE: 6.5"W 12"H 7"EXT.
1/60W Medium Base

boun

-SJ00PINO0JP.

g
9266-262 <
Post Mount Z
SIZE: 10"DIA. 20"H §§

2/60W Candelabra Base £
e
9261-262 %D<>
Wall Mount e
SIzE: 8"w 17"H 10.5"EXT. §A
2/40W Candelabra Base = "é
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Lighthouse Road P

277 - Dark Sienna finish EVER-PRO"
Clear Seeded glass

FEATURES:

»  Ever-Pro™ Polymer Construction
3 Year Limited Warranty

» Hand Applied Multi-Step Finish
» Metal Candle Sleeves

»  Chain Hung Style can also be used for interior 90273-277
foyer or stairwell applications Tl

»  Family accepts CFL candelabra or medium base SIzE: 11"W 17.25"H 13.75"EXT.
bulbs (Not Incl.), refer to item specifications 3/60W Candelabra Base

»  See Finish Disclaimer on page 184

EV&-PPRO"'
Our Lighthouse Road collection combines coastal
casual with an upscale elegance. Durable Ever-Pro™
construction is married to six panel Clear Seeded glass
and a Dark Sienna finish. Strength and beauty are
combined in this new classic.
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p

EVER-PRO"

9274-277

Chain Hung

Size: 11"DIA. 20.25"H
3/60W Candelabra Base

9272-277

Wall Mount

Size: 8.75"W 13.75"H 10.75"EXT.
2/60W Candelabra Base

Lighthouse
Road

9271-277 “

Wall Mount
S1ZE: 6.75"W 10.5"H 8.75"EXT.

bawp

-SJ00PINO0JP.

o
1/60W Medium Base %
Z.
>
=
=
o
£
9276-277 §§
Post Mount _§ =
SIZE: 11"DIA. 20"H 2 -g
3/60W Candelabra Base
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Regal Bay P

256 - Regal Bay Patina finish EVER-PRO"

Mouth Blown Clear Hammered glass

FEATURES:

»  Ever-Pro™ Polymer Construction
3 Year Limited Warranty

» Hand Applied Multi-Step Finish
» Metal Candle Sleeves

»  Chain Hung Style can also be used for interior
foyer or stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications
9223-256

»  See Finish Disclaimer on page 184 Wall Mount
SIzE: 9.25"W 21.75"H 13"EXT.

€B 3/60W Candelabra Base

EVER-PRO"

Quality is evident in this beautifully designed series,
from the Mouth Blown Clear Hammered glass and Ever-Pro
construction to the Regal Bay Patina finish. This series
has both style and durability; sure to be a prized
addition to any home.

™
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Incandescent

9224-256

Chain Hung

SIZE: 10"DIA. 22"H
3/60W Candelabra Base

9222-256
Wall Mount
S1zE: 8"W 17.5"H 10.5"EXT.
2/60W Candelabra Base

A

EVER-PRO"

Regal Bay

bawp

9226-256

Post Mount

SIZE: 10"DIA. 23.25"H
3/60W Candelabra Base

-SJ00PINO0JP.

g
=
Z.

>

=
=
I
9221-256 5=
Wall Mount é %
SIZE: 5.5"W 12.5"H 7.25"EXT. =<
®

1/60W Medium Base
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Arbor Hill"

91 - Antique Bronze finish

P

8012-91-PL

Wall Mount

SIZE: 6"W 14.5"H 8.25"EXT.
1/13W GU24 Spiral CFL Incl.

8014-91-PL

Chain Hung

SIzE: 10"L 10"W 20.25"H
1/13W GU24 Spiral CFL Incl.
Light Shield Incl.

thegreatoutdoors:

"

8013-91-PL

Wall Mount

S1zE: 10"W 23.25"H 13.25"EXT.
1/13W GU24 Spiral CFL Incl.

FEATURES:

»  Cast Aluminum Construction

»  Recessed Light Source

» Hand Applied Multi-Step Finish

» IDA-Approved™

» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

»  Chain Hung Styles can also be used for interior
foyer and stairwell applications

»  See Finish Disclaimer on page 184 8016-91-PL 8011-91-PL

Post Mount Wall Mount
S1ze: 8"L 8"w 21"H Size: 8"w 18.75"H 10.75"EXT.
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl.

A traditional understated collection enhanced by a
crisp Antique Bronze finish and a discreetly placed light
source which projects a subtle shadowed outline of its

open framed lattice body onto any surface.
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Dark-Sky

8281-A61 8284-A61
Wall Mount Chain Hung
SIZE: 6.5"W 12.75"H 8.25"EXT. SIZE: 10.5"DIA. 20"H
1/60W Medium Base 1/60W Medium Base

8282-A61 8286-A61
Wall Mount Post Mount
S1zE: 8.5"W 16"H 10.5"EXT. SIze: 8.5"DIA. 19"H
1/60W Medium Base 1/60W Medium Base

A complete departure from traditional outdoor lanterns,
Sage Ridge™ is a fully shielded, International
Dark-Sky approved lantern. The impressive grill work is

highlighted by the lack of visible light source.

Sage Ridge™

61 - Vintage Rust™ finish

8283-A61

Wall Mount

SIZE: 10.5"W 22.5"H 12.75"EXT.
1/60W Medium Base

FEATURES:

4
4
4

Aluminum Construction
Recessed Light Source
Inspiring Grill Work

Hand Applied Multi-Step Finish
IDA-Approved™

Chain Hung Styles can also be used for interior
foyer and stairwell applications

Family accepts most CFL medium base bulbs
(NotIncl.)

See Finish Disclaimer on page 184

www.minkagroup.net



Montalbo™

66 - Black finish

.
9244-1-66-PL
Chain Hung
SIZE: 13.75"DIA. 27.5"H
1/26W GU24 Spiral CFL Incl.
© 2007 Minka Lighting, Inc.

9246-1-66-PL

Post Mount

SIzE: 13.75"DIA. 28.25"H
1/26W GU24 Spiral CFL Incl.
© 2007 Minka Lighting, Inc.

9243-1-66-PL

Wall Mount

SIZE: 12.75"W 31.75"H 21.75"EXT.
1/26W GU24 Spiral CFL Incl.

© 2007 Minka Lighting, Inc.

FEATURES:

» Recessed Light Source

» IDA-Approved™

» California Title 24 Compliant

»  Chain Hung Styles can also be used for interior
foyer and stairwell applications

»  Compact Fluorescent Bulbs (Incl.)

»  See Finish Disclaimer on page 184

European traditional design with Mediterranean
influences and a unique double back plate adds a
historical touch to this finely crafted series.

thegreatoutdoors” By MINKA-LAVERY



Mossoro’ II

| ! 161 - Mossoro Walnut™

with Silver Highlights finish
8771-161-PL

Wall Mount
SIZE: 5.75"W 14.25"H 7"EXT.
1/13W GU24 Spiral CFL Incl.

8772-161-PL
Wall Mount
SIzE: 7.75"W 17.75"H 9"EXT.
1/13W GU24 Spiral CFL Incl.
8773-161-PL
Wall Mount
SIZE: 9.75"W 22.75"H 11.25"EXT.
1/13W GU24 Spiral CFL Incl.
FEATURES:
» Aluminum Construction
» Recessed Light Source
» IDA-Approved"
» California Title 24 Compliant
» Compact Fluorescent Bulbs (Incl.)
8776-161-PL » See Finish Disclaimer on page 184
Post Mount
SI1ZE: 7.75"L 7.75"W 17"H
1/13W GU24 Spiral CFL Incl.

This collection has a warm and familiar look that
features the Mossoro Walnut™ with Silver Highlights
finish. This Dark-Sky approved four-piece collection
offers strength and durability while maintaining a soft
side designed to fit any home.

www.minkagroup.net



Artisan Lane

66 - Black finish
Clear Seeded glass

171 - Architectural Bronze finish
Opal glass

72251-66

Wall Mount

SIZE: 5.5"W 13"H 4.75"EXT. (OVAL)
1/35W MR16 GU10 Halogen Incl.

72253-66 72252-66
Wall Mount Wall Mount
Size: 8.5"w 23"H 7.5"EXT. (OVAL) S1zE: 5.5"W 18.5"H 4.75"EXT. (OVAL)
2/35W MR16 GU10 Halogen Incl. 1/35W MR16 GU10 Halogen Incl.
72251-171
Wall Mount
SIZE: 5.5"W 13"H 4.75"EXT. (OVAL)
1/35W MR16 GU10 Halogen Incl.
FEATURES:
»  Aluminum Construction
»  Recessed Light Source
» IDA-Approved”
»  See Finish Disclaimer on page 184 72253-171 72252-171
Wall Mount Wall Mount
Size: 8.5"W 23"H 7.5"EXT. (OVAL) S1ze:5.5"W 18.5"H 4.75"EXT. (OVAL)
2/35W MR16 GU10 Halogen Incl. 1/35W MR16 GU10 Halogen Incl.

An architectural framed oval design integrates with
a hidden light source to create a stunning lantern.
This unique series is sure to be a popular accent to the

contemporary home.
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Forio

615B - Dorian Bronze™ finish
609 - Silver finish

72142-615B-PL

Wall Mount

SIZE: 6.75"W 9.5"H 8.25"EXT.
1/26W GU24 Spiral CFL Incl.

72141-615B-PL

Wall Mount

SIZE: 4.5"W 6.25"H 5.75"EXT.
72142-609-PL 1/13W GU24 Spiral CFL Incl.
Wall Mount

SIZE: 6.75"W 9.5"H 8.25"EXT.
1/26W GU24 Spiral CFL Incl.

FEATURES:

»  Aluminum Construction

» Hand Applied Multi-Step Finish

» IDA-Approved”

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)

» Closed Top/Open Bottom

72141-609-PL

Wall Mount

SIZE: 4.5"W 6.25"H 5.75"EXT.
1/13W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

Forio represents a simple and efficient option for the

budget conscious.
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Kirkham"

138 - Aspen Bronze™ finish
Metal Shade

8101-A138

Wall Mount

SIzE: 8.5"W 6"H 10.5"EXT.
1/60W Medium Base

8102-A138

Wall Mount

SIZE: 11"W 6.5"H 12.25"EXT.
1/60W Medium Base

FEATURES:
»  Aluminum Construction
» IDA-Approved™

»  Family accepts CFL medium base bulbs
(NotIncl.)

8106-A138
Post Mount
S1zE: 11.75"L 8.5"W 11"H
1/60W Medium Base

» Also available:
» 138 Aspen Bronze™ - LED, page 89

»  See Finish Disclaimer on page 184

Kirkham™ is a full cutoff, International Dark-Sky
approved outdoor collection. A hammered Aspen

Bronze™ hood and back plate.
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Vanira Place™

188 - Windsor Rust™ finish

Double French Scavo

i ! Twist and Lock glass

4

REMOVABLE GLASS

8122-A188-PL
Wall Mount

SizE: 12"w 11.5"H 14.75"EXT.
1/13W GU24 Spiral CFL Incl.

8121-A188-PL

Wall Mount

SIZE: 9"W 11"H 11.75"EXT.
1/13W GU24 Spiral CFL Incl.

REMOVABLE GLASS

FEATURES:

»  Aluminum Construction

» IDA-Approved"

» California Title 24 Compliant

» Hand Applied Multi-Step Finish

» Compact Fluorescent Bulbs (Incl.)

» Removable glass for Full Cutoff Dark-Sky

8126-A188-PL Application

Post Mount
SIze: 16"L 12"w 15.75"H
1/13W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

REMOVABLE GLASS

Vanira Place” allows home owners to comply with
Dark-Sky without sacrificing style or design. A classic
hood style design softened by a Windsor Rust™ finish is
sure to add beauty and style to any Dark-Sky location.

www.minkagroup.net



Bay Crest”

A144 - Brushed Aluminum finish
615B - Dorian Bronze™ finish

Metal Shade

72212-A144
Wall Mount
Size: 11"w 10.5"H 11.75"EXT.
1/100W Medium Base

72211-A144

Wall Mount

SIZE: 9"W 8.25"H 9.5"EXT.
1/60W Medium Base

72212-615B

Wall Mount

SIzE: 11"W 10.5"H 11.75"EXT.
1/100W Medium Base

FEATURES:

»  Aluminum Construction

» IDA-Approved™

»  Family accepts CFL medium base bulbs (Not Incl.) 72211-6158

» See Finish Disclaimer on page 184 Wall Mount
SIZE: 9"W 8.25"H 9.5"EXT.

1/60W Medium Base

Carefree transitional styling and sturdy proportions

distinguishes this Dark-Sky approved collection.
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Dark-Sky

72400-615B

Pocket Lantern

SIZE: 7"W 4.75"H 3.75"EXT.
2/35W GU10 Halogen Incl.

Dark-Sky

564-1

Pocket Lantern

SIze: 8.25"W 10"H 5.5"EXT.
1/100W Medium Base
Closed Top

564-PL also available
1/13W GU24 Spiral CFL Incl.
California Title 24 Compliant

9836

Pocket Lantern

S1ZE: 8"W 9.25"H 5.5"EXT.

1/100W Medium Base
Closed Top

Everton

615B - Dorian Bronze™ finish

FEATURES:

» Cast Aluminum Construction
» Closed Top/Open Bottom

» IDA-Approved”

» See Finish Disclaimer on page 184

Everton, with its recessed light source
and subtle design, suits as a quick,
budget-conscious upgrade for interior
or exterior locations. Easily increase
the lightin a hallway or along a
walkway with this fully shielded
fixture featuring two downward facing

. ADA GU10 halogen bulbs. Let Everton be
W the perfect guide to illuminate your
way.

Ceramic

POCKET LANTERNS
INDOOR/OUTDOOR

9838

Pocket Lantern

S1ZE: 7.25"W 9"H 4.25"EXT.
1/100W Medium Base
Closed Top

FEATURES:

» Carefree Ceramic Construction

» Closed Top/Open Bottom

» IDA-Approved"

»  Family accepts CFL medium base bulbs (Not Incl.)

» See Finish Disclaimer on page 184
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Kent Place”

407 - Prussian Gold™ finish

Double French Scavo glass

FEATURES:

4
4
4

thegreatoutdoors

Cast Aluminum Construction
Hand Applied Multi-Step Finish
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Also available:

» 291 Architectural Bronze with Copper Highlights
- Incandescent, page 4-5

» 407 Prussian Gold™ - Incandescent, page 20-21

9143-407-PL

Wall Mount

SIZE: 10.25"W 23.5"H 14.75"EXT.
1/26W GU24 Spiral CFL Incl.

U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

See Finish Disclaimer on page 184

Give your entry a classically inviting appeal with these

finely fashioned and perfectly proportioned lanterns.
Each patiently handcrafted lantern represents the
epitome of the maker's craft and is certain to make a
stunning statement.
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Compact Fluorescent

Kent Place”

9141-407-PL

Wall Mount

SIzE: 7"W 15.75"H 10"EXT.

1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

9142-407-PL
Wall Mount
SIZE: 9"W 20.25"H 12.75"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D511,396; D512,174;
D512,176; D515,237

bawp

9146-407-PL

™
~—t
Post Mount :
SIZE: 10.25"DIA. 22.25"H
1/26W GU24 Spiral CFL Incl. g H
U.S. Patent(s): D512,176; D515,237 Z n
zZ
>
Z0
2
=0
=z
0
2 -g 3
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Merrimack™

166 - Corona Bronze™ finish

White Double French Scavo glass

FEATURES:

4
4
4

8761-166-PL

Wall Mount

SIZE: 6.25"W 12.25"H 7.75"EXT.
1/13W GU24 Spiral CFL Incl.

8763-166-PL

Wall Mount

SIZE: 10"W 20"H 12"EXT.
1/13W GU24 Spiral CFL Incl.

Cast Aluminum Construction
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Chain Hung Styles can also be used for interior
foyer and stairwell applications

Also available:
» 166 Corona Bronze™ - Incandescent, page 16-17
» 66 Black - LED, page 90-91

8762-166-PL

Wall Mount

Size: 8"w 16.25"H 9.5"EXT.
1/13W GU24 Spiral CFL Incl.

See Finish Disclaimer on page 184

The success of our traditional Merrimack™ family has
inspired this energy efficient version. The strong, bold
arm accents the design of this sturdy cast aluminum

family.

thegreatoutdoors® By MINKA-LAVERY’

Compact Fluorescent



Grafton Road”

489 - Taylor Bronze™ finish

Double French Scavo
Twist and Lock glass

FEATURES:

» Cast Aluminum Construction

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)

» See Finish Disclaimer on page 184

72071-489-PL
Wall Mount

Grafton Road™ reflects traditional

SIZE: 6"W 9.25"H 8.5"EXT. detailing with minimalist awareness;
1/13W GU24 Spiral CFL Incl. . X
Photocell Incl. another Great Outdoors exclusive,

and designed as a budget series to
have maximum impact.

Danbury"‘

44 - White finish

91 - Antique Bronze finish
94 - Heritage™ finish

Acid Etched

Twist and Lock glass

FEATURES:

71153-44-PL » Cast Aluminum Construction
Wall Mount California Title 24 C i
. 6" " " 4 alifornia Title 24 Compliant
AR "
Wall Mount ’ » Compact Fluorescent Bulbs (Incl.)

SIZE: 6"W 7.25"H 7.25"EXT.
1/13W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

Danbury™is designed to be efficient
and budget conscious. Exclusive to
The Great Outdoors’, itis simple and

71153-94-PL affordable.

Wall Mount
SIZE: 6"W 7.25"H 7.25"EXT.
1/13W GU24 Spiral CFL Incl.

www.minkagroup.net



e ™
Bay View
143 - Oil Rubbed Bronze finish
144 - Brushed Stainless Steel finish

Etched Opal glass

9803-144-PL

Pocket Lantern

SIzZE: 8"W 20.5"H 4.5"EXT.
2/26W GU24 Spiral CFL Incl.
Photocell Incl.

FEATURES:

»  Stainless Steel Construction
Ideal for areas with harsh
weather conditions

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)

9803-143-PL
» Also available: Pocket Lantern
» 143 0il Rubbed Bronze - Incandescent, SIZE: 8"W 20"H 4.5"EXT.
page 52-53 2/26W GU24 Spiral CFL Incl.
» 144 Brushed Stainless Steel - Incandescent,
page 52-53
» See Finish Disclaimer on page 184
thegreatoutdoors:

Fresh, clean and contemporary describes our Bay View"
collection. Offered in two finishes and three sizes, this

series will enhance any exterior.

thegreatoutdoors® By MINKA-LAVERY’



Compact Fluorescent

9802-144-PL 9802-143-PL

Pocket Lantern Pocket Lantern 9801-144-PL

SIZE: 7.75"W 12"H 4.5"EXT. SIZE: 7.75"W 12"H 4.5"EXT. Pocket Lantern

1/26W GU24 Spiral CFL Incl. 1/26W GU24 Spiral CFL Incl. SIZE: 7"W 9.5"H 4"EXT.

1/13W GU24 Spiral CFL Incl.
, AbA‘)
COMPLIANT,

Bay View"

bawp

9801-143-PL

-SJ00PINO0JP.

o
Pocket Lantern %
SIZE: 7"W 9.5"H 4"EXT. =
1/13W GU24 Spiral CFL Incl. EE

. Aﬁ) 51
COMPLIANT, Q r‘
9806-144-PL 9806-143-PL % 3<>
Post Mount Post Mount om
SizE: 8"DIA. 12.5"H SizE: 8"DIA. 12.5"H 2R
1/26W GU24 Spiral CFL Incl. 1/26W GU24 Spiral CFL Incl. S

www.minkagroup.net 119



Andrita Court”

179 - Textured French Bronze finish

Pearl Mist glass

FEATURES:

4

4

4

Aluminum Construction

Hand Applied Multi-Step Finish
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Chain Hung Style can also be used for interior
foyer or stairwell applications
72023-A179-PL

Wall Mount

SIZE:7.5"W 17.5"H 10.75"EXT.
1/13W GU24 Spiral CFL Incl.

See Finish Disclaimer on page 184

Streamlined shapes and sleek textures accentuate this
unique collection of mid-20t Century modern inspired

lighting.

thegreatoutdoors’ By MINKA-LAVERY



Compact Fluorescent

72029-A179-PL

Flush Mount

S1zE: 11.5"DIA. 4.75"H
1/26W GU24 Spiral CFL Incl.

72024-A179-PL 72021-A179-PL

Chain Hung Pocket Lantern

SIzE: 7.5"DIA. 17.25"H SIzE: 9"W 17.25"H 5.5"EXT.
1/13W GU24 Spiral CFL Incl. 1/26W GU24 Spiral CFL Incl.

Andrita Court”

bawp

-SJ00PINO0JP.

o

<
72022-A179-PL =z
Wall Mount —
SIZE: 6.25"W 12"H 8.75"EXT. >Z
1/13W6U24 Spiral CFLIncl. 5%
o~
72026-A179-PL 72020-A179-PL £>
Post Mount Pocket Lantern § é
S1zE: 7.5"DIA. 20"H SIZE: 7.5"W 14.75"H 4.75"EXT. e
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl. 27
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Scottsdale™ I1

179 - Textured French Bronze finish

Honey Opal Art glass

8609-A179-PL
Flush Mount

SIZE: 9.5"L 9.5"W 7"H
1/13W GU24 Spiral CFL Incl. 8603-A179-PL
Pocket Lantern

SIZE: 10"W 13.5"H 7"EXT.

Pocket Lantern
SIzE: 8"W 11.75"H 7"EXT.
1/13W GU24 Spiral CFL Incl.

8601-A179-PL

Pocket Lantern

SIZE: 6"W 7"H 5"EXT.
1/13W GU24 Spiral CFL Incl.

FEATURES:

»  Aluminum Construction

» Closed Top/Open Bottom

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)
8605-A179-PL

Post Mount

S1zE: 8"L 8"W 13.25"H
1/13W GU24 Spiral CFL Incl.

»  See Finish Disclaimer on page 184

A family of Mission style exterior lanterns accented with
Honey Opal Art glass, Scottsdale™ IT is available in a

deep rich Textured French Bronze finish.

thegreatoutdoors® By MINKA-LAVERY’



Nanti

357 - Iron Oxide finish

252 - Nanti Champagne Silver finish
l Etched Vanilla glass

1492-A357-PL

Pocket Lantern

S1zE: 8"W 18.5"H 4"EXT.
2/13W GU24 Spiral CFL Incl.

ADA
1496-357-PL W 1490-A357-PL

Post Mount
S1zE: 9.5"DIA. 18.5"H
1/26W GU24 Spiral CFL Incl.

Pocket Lantern
SIzE: 8"W 9.75"H 4"EXT.
1/13W GU24 Spiral CFL Incl.

—.
- ADA )
COMPLIANT,

FEATURES:

» Hand Applied Multi-Step Finish

» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

» See Minka-Lavery’ catalog for complete section of
1496-252-PL complementary fixtures and accessories
Post Mount

SIZE: 9.5"DIA. 18.5"H
1/26W GU24 Spiral CFL Incl.

Photocell Incl.

» See Finish Disclaimer on page 184

Magnificently detailed metal work is silhouetted with
an Etched Vanilla glass to create a skillfully designed
work of art. The Nanti family is rated for both indoor and

outdoor application without compromising style.

www.minkagroup.net



Lander Heights"

199 - Forged Iron finish
Spanish Fire Piastra glass thegreatoutdoors:

FEATURES:

»  Aluminum Construction

»  Rustic Styling

» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)
»  Chain Hung Styles can also be used for interior

foyer and stairwell applications
9253-A199-PL

»  See Finish Disclaimer on page 184 Wall Mount
SIZE: 11.5"W 21.5"H 14.5"EXT.
1/26W GU24 Spiral CFL Incl.

Casual rustic design with Spanish and European
influences, crafted in Forged Iron with Spanish Fire

Piastra glass.

thegreatoutdoors® By MINKA-LAVERY’



Compact Fluorescent

9254-A199-PL

Chain Hung

SIZE: 11.5"DIA. 19.25"H
1/26W GU24 Spiral CFL Incl.

9252-A199-PL

Wall Mount

SIzE: 9"w 17.25"H 11.5"EXT.
1/26W GU24 Spiral CFL Incl.

Lander Heights”

bawp

9251-A199-PL
Wall Mount

-SJ00PINO0JP.

o
SIZE: 6.5"W 12.25"H 8.75"EXT. %
1/13W GU24 Spiral CFL Incl. =
>Z
=
9256-A199-PL 5N
or—
Post Mount e
kel
SIZE: 11.5"DIA 21.5"H gé
1/26W GU24 Spiral CFL Incl. E e
Photocell Incl. E -g
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Berkeley”

|

51 - Rust finish

Double French Scavo glass

8561-51-PL

Wall Mount

SIZE: 6"W 12.25"H 7.75"EXT.
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D429,018

8567-51-PL

Column Mount

S1zE: 11.5"L 11.5"w 18.75"H
1/26W GU24 Spiral CFL Incl.
U.S. Patent(s): D429,018

8560-51-PL

Pocket Lantern

SIzE: 10"W 17.5"H 5.25"EXT.
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D429,018

FEATURES:

»  Brass Construction

» Hand Applied Multi-Step Chemical Finish
» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

» Alsoavailable:
» 51 Rust - Incandescent, page 26

e 8562-51-PL 8566-51-PL
»  See Finish Disclaimer on page 184 Wall Mount Post Mount
SIZE: 8.25"W 16.5"H 9.75"EXT. SIze: 10"L 10"W 21.5"H
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D429,018 U.S. Patent(s): D429,018

This Mission style exterior group is constructed of brass
and Double French Scavo glass panels. The series is made
in a variety of sizes with both post mount and pier mount

configurations.

thegreatoutdoors® By MINKA-LAVERY’



Colva

144 - Brushed Steel finish
Etched glass

thegreatoutdoors:

72122-144-PL

Pocket Lantern

SIZE: 10.25"W 18"H 4"EXT.
2/13W GU24 Spiral CFL Incl.
Photocell Incl.

o
. ADA )
COMPLIANT

72121-144-PL FEATURES:

Pocket Lantern

SIZE: 6.5"W 12.25"H 4"EXT. » Stainless Steel Construction

1/13W GU24 Spiral CFL Incl. » California Title 24 Compliant
Photocell Incl.
o »  Compact Fluorescent Bulbs (Incl.)
- ADA e
COMPUANT » See Finish Disclaimer on page 184

A contemporary architectural flair, featuring durable

stainless steel construction.

www.minkagroup.net



Delancy"

357 - Iron Oxide finish

Double French Scavo glass thegreatoutdoors:

FEATURES:

»  Aluminum Construction

» Hand Applied Multi-Step Finish
» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

»  Chain Hung Styles can also be used for interior UL

. . Wall Mount
foyer and stairwell applications SIZE: 10"W 21.25"H 12.5"EXT.
» See Finish Disclaimer on page 184 1/26W GU24 Spiral CFL Incl.

Delancy™ is a ten-piece collection that is entirely in
fluorescent. Double French Scavo glass provides a warm
glow that highlights the architectural lines of Delancy”.
Energy savings, beauty and durability make this
collection complete in all aspects.

thegreatoutdoors® By MINKA-LAVERY’



Compact Fluorescent

Delancy”

71194-A357-PL

Chain Hung 71198-A357-PL
SIzE: 10"L 10"W 19.5"H Pocket Lantern
1/26W GU24 Spiral CFL Incl. SIZE: 10.5"W 12"H 6.25"EXT.

2/13W GU24 Spiral CFL Incl.

thegreatoutdoors:

bawp
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=
71196-A357-PL 71197-A357-PL >Z
Post Mount Pocket Lantern & ;
SIZE: 10.5"L 10.5"W 13.5"H SIZE: 6.5"W 7.5"H 5.75"EXT. ‘;fll_
1/26W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl. §>
o5

3
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=
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Compact Fluorescent

Delancy

71190-A357-PL

Pendant

Size: 6"L 6"w 11"H

Adjustable to 53"H MAX.

1-6" and 3-12" Rods Incl.
W30-1-A357 Rod Extension Available
1/13W GU24 Spiral CFL Incl.

71192-A357-PL

Wall Mount

S1ze: 8"W 17.5"H 10"EXT.
1/13W GU24 Spiral CFL Incl.

71199-A357-PL

Flush Mount

S1ze: 10"L 10"wW 7"H
2/13W GU24 Spiral CFL Incl.

g_ >
v E
gé
<z
— S
i
o
=
= 71191-A357-PL
s Wall Mount

SIZE: 6"W 12.25"H 8"EXT.
1/13W GU24 Spiral CFL Incl.

71195-A357-PL

Post Mount

S1ze: 8"w 8"w 17.5"H
1/26W GU24 Spiral CFL Incl.

thegreatoutdoors:
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Aspen” II

138 - Aspen Bronze™ finish

Rustic Scavo glass

FEATURES:
Aluminum Construction

Closed Top/Open Bottom

v v v

California Title 24 Compliant

v

Compact Fluorescent Bulbs (Incl.)

v

See Finish Disclaimer on page 184

72001-A138-PL 72002-A138-PL

Pocket Lantern Pocket Lantern

SIZE: 9.25"W 12.75"H 6"EXT. S1zE: 9.25"W 18.5"H 6"EXT.
1/13W GU24 Spiral CFL Incl. 2/13W GU24 Spiral CFL Incl.

Lona

357 - Iron Oxide finish

Vanilla glass

FEATURES:
» Hand Applied Multi-Step Finish
» California Title 24 Compliant

72131-357-PL

Pocket Lantern

SIZE: 6"W 7.25"H 4"EXT.
1/13W GU24 Spiral CFL Incl.

e
- ADA )
COMPLIANT,

»  Compact Fluorescent Bulbs (Incl.)

» See Finish Disclaimer on page 184

The Lona family is simple yet elegant
in style. A rich Vanilla glass with
hand-painted Iron Oxide finish
provides both beauty and durability.

www.minkagroup.net



Ardmore”

61 - Vintage Rust™ finish

Double French Scavo glass

FEATURES:

4

4

4

Cast Aluminum Construction
Hand Applied Multi-Step Finish
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Chain Hung Style can also be used forinterior

foyer or stairwell applications 8992-61-PL

Wall Mount
Also available: S1ze: 12"w 31.5"H 18.5"EXT.
» 61 Vintage Rust™ - Incandescent, page 73-75 1/26W GU24 Spiral CFL Incl.

» 66 Black - Incandescent, page 76-77 U.S. Patent(s): D454,654; D455,515;
D455,856
See Finish Disclaimer on page 184 © 2000 Minka Lighting, Inc.

™

Sculptured lines define this eight piece Vintage Rust
series. The Double French Scavo glass adds an historic
touch to this unique collection. Ardmore™ is generously
scaled to be used for both residential and commercial
applications.

thegreatoutdoors’ By MINKA-LAVERY



8994-61-PL
Chain Hung

SIzE: 15"DIA. 35.75"H

1/26W GU24 Spiral CFL Incl.

Compact Fluorescent
U.S. Patent(s): D455,515
© 2000 Minka Lighting, Inc.
8989-61-PL
Pocket Lantern
S1zE: 11"w 19.25"H 7.75"EXT.
1/26W GU24 Spiral CFL Incl.
8988-61-PL
Pocket Lantern
S1zE: 7.75"W 13.25"H 5.5"EXT.

1/13W GU24 Spiral CFL Incl.
/ e 8991-61-PL

Wall Mount

SIZE: 9.5"W 24.5"H 15"EXT.
1/13W GU24 Spiral CFL Incl.
Photocell Incl.

U.S. Patent(s): D454,654; D455,515;
D455,856
© 2000 Minka Lighting, Inc.

Ardmore”

8997-61-PL
Wall Mount
SIzE: 7.75"W 17.5"H 10"EXT.
1/13W GU24 Spiral CFL Incl.
8995-61-PL 8990-61-PL
Post Mount Wall Mount
SIZE: 9.5"DIA. 23.75"H SIZE: 7.75"W 19.75"H 12.25"EXT.
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D455,515 U.S. Patent(s): D455,515; D455,856
© 2000 Minka Lighting, Inc. © 2000 Minka Lighting, Inc.

bawp
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Harrison"

61 - Vintage Rust™ finish

Double French Scavo glass

FEATURES:

»  Cast Aluminum Construction

» Hand Applied Multi-Step Finish
» California Title 24 Compliant
» Compact Fluorescent Bulbs (Incl.)

»  Chain Hung Styles can also be used for interior
foyer and stairwell applications

» Alsoavailable:
» 61 Vintage Rust™ - Incandescent, page 12-14
» 66 Black - Incandescent, page 69-71

8692-1-61-PL

Wall Mount

SIzE: 10"W 27.75"H 13.25"EXT.
1/26W GU24 Spiral CFL Incl.

U.S. Patent(s): D457,681; D461,591;
D463,062

» See Finish Disclaimer on page 184

The quiet elegance of the Harrison™ series is sure to
make this design a classic. A unique arm and top detail
combine with Double French Scavo glass to create a work

of art.

thegreatoutdoors’ By MINKA-LAVERY



‘ Compact Fluorescent

¢

8690-1-61-PL
Wall Mount

S1zE: 6.25"W 11.5"H 7.75"EXT.

'

1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D463,062

8698-1-61-PL

Pocket Lantern

Size: 10"w 18.25"H 6.5"EXT.
1/26W GU24 Spiral CFL Incl.

8694-1-61-PL

Chain Hung

Size: 12"L 12"w 28.25"H
1/26W GU24 Spiral CFL Incl.
U.S. Patent(s): D457,681

Harrison"

8697-1-61-PL
Pocket Lantern
SIZE: 7.5"W 14.75"H 4.75"EXT.
1/13W GU24 Spiral CFL Incl.

bawp

8691-1-61-PL -
Wall Mount <
S1zE: 7.5"W 21"H 10.25"EXT. E
1/13W GU24 Spiral CFL Incl. 8696-1-61-PL L2
U.S. Patent(s): D457,681; D461,591; Post Mount £ ;
D463,062 SIzE: 10"L 10"W 25.75"H x:vf 1
8605-1-61-PL 1/26W GU24 Spiral CFL Incl. i
Post Mount U.S. Patent(s): D457,681 §§
SIZE: 7.5"L 7.5"W 20"H iA
1/13W GU24 Spiral CFL Incl. =5

-SJ00PINO0JP.

U.S. Patent(s): D457,681
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Mallorca™

39 - Spanish Iron™ finish
Powder Coat

Double French Scavo glass

thegreatoutdoors:

FEATURES:

» Handcrafted Aluminum Construction

8882-A39-PL

Wall Mount

SIZE: 10.5"W 34.25"H 13.5"EXT.
1/26W GU24 Spiral CFL Incl.

» Also available:
» 61 Vintage Rust”™ - Incandescent, page 78-79 115 Patent(s): D461,593; D465,604

» 39 Spanish Iron™ - Incandescent, page 80-81

» California Title 24 Compliant
»  Compact Fluorescent Bulbs (Incl.)

»  See Finish Disclaimer on page 184

Capturing the spirit of the coast, Mallorca™ has smooth
graceful curves and Double French Scavo glass. The
Mallorca™ collection also features a rustic Powder Coat
finish that accents the twisted wrought iron detail. This
well crafted series will add to the ambiance of any home.

thegreatoutdoors” By MINKA-LAVERY



Compact Fluorescent

8887-A39-PL

Pocket Lantern

SIzE: 10.5"W 19.5"H 5.5"EXT.
1/13W GU24 Spiral CFL Incl.

8881-A39-PL

Wall Mount

S1zE: 8.75"w 28.25"H 11.5"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D461,593; D465,604

Mallorca”

bawp
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o
8885-A39-PL 8880-A39-PL % 3<>
Post Mount Wall Mount oM
SIZE: 9"DIA. 22.5"H SIZE: 7.5"W 16"H 9.25"EXT. e
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl. 27
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Jessica McClintock Home,
The Romance Collection™

198B - Ravello Bronze™
with Gold Highlights finish

Salon Scavo™ glass

JESSICA MECUNTOCK HOME
Do Romance Collection®

FEATURES:

»

4
4
4
4

Cast Aluminum Construction
Hand Applied Multi-Step Finish
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

See Finish Disclaimer on page 184

thegreatoutdoors®

By MINKA-LAVERY

9112-198B-PL

Wall Mount

SIzE: 10.75"W 30.75"H 15.75"EXT.
2/13W GU24 Spiral CFL Incl.

© 2006 Minka Lighting, Inc.

Romance and passion are embodied in the delicately
detailed workmanship of the Jessica McClintock Home,
the Romance Collection™ for The Great Outdoors’. The
exquisite Ravello Bronze™ with Gold Highlights, paired
with warm Salon Scavo™ glass, will only enhance the
exterior of every home.



Compact Fluorescent

JESSICA MYCUNTOCK HOME
% @W %&M’oﬂ"

9111-198B-PL

Wall Mount

S1zE: 8.5"W 25"H 12.75"EXT.
1/26W GU24 Spiral CFL Incl.
© 2006 Minka Lighting, Inc.

Jessica McClintock Home,
The Romance Collection”

bawp

9116-198B-PL

Post Mount

SIzE: 10.75"L 10.75"W 25"H
2/13W GU24 Spiral CFL Incl.
© 2006 Minka Lighting, Inc.

-SJ00PINO0JP.
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9110-198B-PL §§
Wall Mount z7
SIzE: 7.5"W 13.75"H 9.75"EXT. e
1/13W GU24 Spiral CFL Incl. §><>
© 2006 Minka Lighting, Inc. g ™
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Abbey Lane"

357 - Iron Oxide finish

Double French Scavo glass

FEATURES:

4
4
4

thegreatoutdoors:

Aluminum Construction
Hand Applied Multi-Step Finish
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Chain Hung Style can also be used for interior
foyer or stairwell applications

Also available:

» 357 Iron Oxide - Incandescent, page 44-45 9153-A357-PL

Wall Mount

SIzZE: 11"W 14.25"H 13.25"EXT.
1/26W GU24 Spiral CFL Incl.

See Finish Disclaimer on page 184

Welcome your guests in a rustic style with this charming

nature inspired collection. Sturdy construction

combined with a durable and distinctive finish assures a

lantern that will light your way for years to come.

thegreatoutdoors® By MINKA-LAVERY'



9150-357-PL

Pocket Lantern

SIzE: 13"W 19"H 6.5"EXT.
1/13W GU24 Spiral CFL Incl.
Photocell Incl.

9156-A357-PL

Post Mount

SIZE: 9"DIA. 16.5"H

1/26W GU24 Spiral CFL Incl.

Abbey
Lane”

Incandescent

9154-A357-PL

Chain Hung

Size: 11"DIA. 16.5"H
1/26W GU24 Spiral CFL Incl.

9151-A357-PL

Wall Mount

S1zE: 7"W 10"H 9.5"EXT.
1/13W GU24 Spiral CFL Incl.

bawp
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9152-A357-PL 5=
Wall Mount e
SIZE: 9"W 12.5"H 11.5"EXT. e
1/13W GU24 Spiral CFL Incl. =8
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Aston Court™

184 - Aston Patina finish

Avorio Mezzo" glass
with Amber Crystal Accent

FEATURES:
» Cast Aluminum Construction
» Hand Applied Multi-Step Finish

» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

»  Chain Hung Style can also be used for interior

foyer or stairwell applications 9183-184-PL

»  See Finish Disclaimer on page 184 Wall Mount
SIzE: 13"W 21"H 12.25"EXT.

1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D588,294

Aston Court” reveals a depth of neoclassical influence
merged with the glamour of high fashion. A traditional
proportion combined with unique Avorio Mezzo™ glass

and exquisite details give Aston Court™ lasting elegance.

thegreatoutdoors® By MINKA-LAVERY



9184-184-PL

Chain Hung

SIzE: 13"L 9.25"W 20.5"H
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D588,294

Compact Fluorescent

9182-184-PL

Wall Mount

SIZE: 10.25"W 16.25"H 9.75"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D588,294

9181-184-PL

Wall Mount

SizE: 8"W 13.5"H 8"EXT.
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D588,294

bawp

9180-184-PL

Pocket Lantern g

SIZE: 10.25"W 16.25"H 4.5"EXT. Z

1/13W GU24 Spiral CFL Incl. E

U.S. Patent(s): D588,294 :‘z’
9186-184-PL é’g
Post Mount %@<
SIZE: 13"L 9.25"W 23.5"H s
1/13W GU24 Spiral CFL Incl. e

@

-SJ00PINO0JP.

U.S. Patent(s): D588,294
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Chelesa Road”

189 - Chelesa Bronze™ finish

Double French Scavo glass

FEATURES:

4

4

4

Cast Aluminum Construction
California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

Chain Hung Styles can also be used for interior
foyer and stairwell applications

9193-189-PL

Wall Mount

S1zE: 13"W 27.25"H 13.25"EXT.
1/26W GU24 Spiral CFL Incl.

© 2007 Minka Lighting, Inc.

See Finish Disclaimer on page 184

Personality rich, vintage inspired lighting with
sophisticated 18" Century details and sand cast

aluminum construction.

thegreatoutdoors’ By MINKA-LAVERY



Incandescent

Chelesa Road"

9192-189-PL

Wall Mount

SIzE: 10.5"W 22.5"H 10.5"EXT.
1/13W GU24 Spiral CFL Incl.

© 2007 Minka Lighting, Inc.

9194-189-PL
Chain Hung
S1zE: 10.5"L 8.5"W 19.25"H
1/13W GU24 Spiral CFL Incl.
© 2007 Minka Lighting, Inc.

bawp

9195-189-PL

Post Mount

SIzE: 10.5"L 8.5"W 20"H
1/13W GU24 Spiral CFL Incl.
© 2007 Minka Lighting, Inc.

g
=
Z
z

9190-189-PL £
Pocket Lantern 5;":
SIzE: 8.5"W 12.25"H 4.5"EXT. =
1/13W GU24 Spiral CFL Incl. g™
© 2007 Minka Lighting, Inc. g 3
®

-SJ00PINO0JP.
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Montellero

61 - Vintage Rust™ finish

Double French Scavo glass

FEATURES:
»  Aluminum Construction
» Hand Applied Multi-Step Finish
» California Title 24 Compliant

» Compact Fluorescent Bulbs (Incl.)

»  Chain Hung Styles can also be used for interior
foyer and stairwell applications 8213-A61-PL

Wall Mount

SIZE: 10.25"W 23.5"H 12.75"EXT.

1/26W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

Classic and timeless describe our Montellero collection.
This simple sturdy design will blend with most
architecture and provide light and beauty for many

years.

thegreatoutdoors’ By MINKA-LAVERY



Compact Fluorescent

l

Montellero

8214-A61-PL

Chain Hung

SIZE: 10.25"DIA. 18.75"H
1/26W GU24 Spiral CFL Incl.

8219-A61-PL
Flush Mount
SIZE: 14"DIA. 7"H

1/26W GU24 Spiral CFL Incl.

8218-61-PL

Wall Mount

SIZE: 23.25"W 40"H 11.25"EXT.
2/13W GU24 Spiral CFL Incl.

bawp

Kuedwio) ,dnoin eyuIy v

oAATAYT-VININ

-SJ00PINO0JP.

8210-A61-PL
Pocket Lantern
S1ZE: 10.25"W 17"H 4.5"EXT.
1/13W GU24 Spiral CFL Incl.
8216-A61-PL
Post Mount
SIZE: 10.25"DIA. 19.25"H
1/26W GU24 Spiral CFL Incl. 8212-A61-PL
Wall Mount
Size: 8"w 17.5"H 10.25"EXT.
1/13W GU24 Spiral CFL Incl.
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Tuscan Way

357 - Iron Oxide finish

Clear Hammered glass or
Double French Scavo glass

9297-357

Wall Mount

SIZE: 6"W 14.75"H 7.5"EXT.
1/60W Candelabra Base

thegreatoutdoors:

9292-357

Wall Mount

S1zE: 8"W 19"H 9"EXT.
1/60W T10 Medium Base Only
(Incl.)

9298-357
Wall Mount
SIZE: 8"W 19"H 9"EXT.
1/60W T10 Medium Base Only
(Incl.)

9291-357
Wall Mount
SIZE: 6"W 14.75"H 7.5"EXT.
1/60W Candelabra Base

FEATURES:
»  Aluminum Construction

»  T10 Bulbs (Incl.)

9299-357
Post Mount
SIzE: 13.75"L 6"W 19.5"H
2/60W T10 Medium Base Only
(Incl.)

9295-357
Post Mount
SIZE: 13.75"L 6"W 19.5"H
2/60W T10 Medium Base Only
(Incl.)

»  See Finish Disclaimer on page 184

This Italian inspired collection recalls the neoclassic
urn shapes found in the European countryside. Clear
Hammered or Double French Scavo glass and an Iron

Oxide finish give a transitional flare to an ageless form.

thegreatoutdoors® By MINKA-LAVERY'



Incandescent

71167-91
Wall Mount
S1zE: 8.25"W 10.25"H 8.5"EXT.
1/100W Medium Base
(G25 Pictured)

4
4
4
4

Wyndmere™

91 - Antique Bronze finish
White glass

FEATURES:

Functional Bulb Guard
Hand Applied Multi-Step Finish
Family accepts CFL medium base bulbs (Not Incl.)

See Finish Disclaimer on page 184

The Wyndmere" series is styled from
the classic cannery row motif. Bulb
guards, white shade glass, Antique

71166-91

Wall Mount

SIZE: 6.25"W 9"H 6.5"EXT.
1/60W Medium Base

(G25 Pictured)

Incandescent

4
4
4
4

72271-66

Wall Mount

SIZE: 5.5"W 10.5"H 8.25"EXT.
1/60W Medium Base

72272-66

Wall Mount

SIZE: 7"W 14.75"H 9.25"EXT.
1/60W Medium Base

Bronze finish and hooded profile
give a clean appearance to a classic
design.

Summit Road

66 - Black finish
Optical Grid glass

FEATURES:

Aluminum Construction
Hand Applied Finish
Family accepts CFL medium base bulbs (Not Incl.)

See Finish Disclaimer on page 184

Clean architectural lines make
this the perfect selection for any
contemporary home. A generously
proportioned frame is complemented

by a grid pattern glass to create a
stunning lantern.

www.minkagroup.net



Burwick™

94 - Heritage™ finish
Mouth Blown Clear Seeded glass

thegreatoutdoors

FEATURES:
» Cast Aluminum Construction
» Metal Candle Sleeves

»  Chain Hung Styles can also be used for interior
foyer and stairwell applications

»  Family accepts CFL candelabra or medium base

bulbs (Not Incl.), refer to item specifications 8953-94
Wall Mount
»  See Finish Disclaimer on page 184 SIZE: 12"W 24.5"H 13.75"EXT.
4/40W Candelabra Base

© 2000 Minka Lighting, Inc.

The traditional shepherd's crook arm immediately
establishes this design's traditional aesthetic. This cast
series is offered in a variety of sizes with our Heritage™

finish and Mouth Blown Clear Seeded glass.

thegreatoutdoors” By MINKA-LAVERY



8954-94

Chain Hung

SIZE: 12"DIA. 23"H
4/40W Candelabra Base
© 2000 Minka Lighting, Inc.

8952-94

Wall Mount

S1zE: 9.25"W 19.75"H 11.5"EXT.
3/60W Candelabra Base

© 2000 Minka Lighting, Inc.

Burwick™

thegreatoutdoors:

8950-94

Wall Mount

SIZE: 6.75"W 14"H 8"EXT.
1/100W Medium Base

© 2000 Minka Lighting, Inc.

8956-94
Post Mount
S1zE: 9.25"DIA. 19.25"H
3/60W Candelabra Base
© 2000 Minka Lighting, Inc.

Incandescent

bawp

T P

8951-94

Wall Mount

SIZE: 6.75"W 14"H 8.75"EXT.
1/100W Medium Base

© 2000 Minka Lighting, Inc.

oAATAYT-VININ

-SJ00PINO0JP.

Kuedwio) ,dnoin eyuIy v
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Hancock™

66 - Black finish
Bent Clear Seeded glass

9018-66

Wall Mount

S1zE: 8.5"W 23.25"H 11.5"EXT.
3/60W Candelabra Base

U.S. Patent(s): D438,324; D440,007

FEATURES:
» Cast Aluminum Construction

» Metal Candle Sleeves

9010-66
Wall Mount
SIZE: 6.75"W 13.75"H 9.5"EXT.
1/100W Medium Base

U.S. Patent(s): D438,324; D440,007

»  Family accepts CFL candelabra or medium base
bulbs (Not Incl.), refer to item specifications

»  See Finish Disclaimer on page 184

thegreatoutdoors®

By MINKA-LAVERY

Incandescent

9011-66

Wall Mount

Size: 8.5"W 17.5"H 11.5"EXT.
3/60W Candelabra Base

U.S. Patent(s): D438,324; D440,007

9016-66

Post Mount

SI1zE: 8.5"DIA. 21.5"H
3/60W Candelabra Base
U.S. Patent(s): D438,324

This simple, yet classic design has three heavy posts that
give it a curved window pane effect. Constructed of solid
cast aluminum, the Hancock™ series scales very well with
today's two-story entries.



Incandescent

8252-94

Wall Mount

S1ze: 8.5"W 12.75"H 10.75"EXT.
1/100W Medium Base

8252-61
Wall Mount

S1zE: 8.5"W 12.75"H 10.75"EXT.
1/100W Medium Base

8256-61
Post Mount
SIzE: 8.5"DIA. 14.75"H
1/100W Medium Base

8256-94
Post Mount
SIzE: 8.5"DIA. 14.75"H
1/100W Medium Base

The Cranston™ family has a rich look and feel that
belies its price. Die cast aluminum construction, with
One Piece Clear Driftwood glass gives the Cranston™
character. Fluorescent and Incandescent options give it
versatility.

Cranston™

61 - Vintage Rust™ finish
94 - Heritage™ finish

One Piece Clear Driftwood glass

8251-94

Wall Mount

SIZE: 6.5"W 8.75"H 8"EXT.
1/100W Medium Base

8251-61

Wall Mount

SIZE: 6.5"W 8.75"H 8"EXT.
1/100W Medium Base

FEATURES:

Cast Aluminum Construction

Hand Applied Multi-Step Finish

Closed Bottom

Family accepts CFL medium base bulbs (Not Incl.)

Also available:
» 61 Vintage Rust” - Fluorescent, page 158
» 94 Heritage" - Fluorescent, page 158

See Finish Disclaimer on page 184

www.minkagroup.net



o TM
Segovia
61 - Vintage Rust™ finish
94 - Heritage™ finish

One Piece Clear Optic glass

FEATURES:
» Cast Aluminum Construction
» Hand Applied Multi-Step Finish
»  Family accepts CFL medium base bulbs (Not Incl.)
»  Also available: g:gg:g:
» 61 Vintage Rust” - Fluorescent, page 157 Post Mount
» 94 Heritage"” - Fluorescent, page 157 o ), $ 7
»  See Finish Disclaimer on page 184 1/100W Medium Base

8202-61
8202-94
Wall Mount
S1zE: 8.75"W 17"H 10.25"EXT.
1/100W Medium Base

U.S. Patent(s): D510,453; D512,793;
D518,224

8201-61

8201-94

Wall Mount
SIZE: 6.5"W 14.25"H 8"EXT.
1/100W Medium Base

U.S. Patent(s): D510,453; D512,793;
D518,224

U.S. Patent(s): D510,453

A traditionally styled cast aluminum series with tapered
silhouettes, ribbed glass and elegant details. An upscale

series at value price points.

thegreatoutdoors” By MINKA-LAVERY

Incandescent



Bay Hill"

66 - Black finish
91 - Antique Bronze finish

Clear Seeded glass

thegreatoutdoors:

9067-66

9067-91

Wall Mount

SIZE: 6"W 16.5"H 6.75"EXT.
1/100W Medium Base

9060-66

9060-91

Wall Mount

SIZE: 6"W 16.5"H 6.75"EXT.
1/100W Medium Base

FEATURES:
» Cast Aluminum Construction

» Hand Applied Finish

9066-66
9066-91
Post Mount
SIzE: 7.25"L 7.25"W 16.75"H
1/100W Medium Base

»  Family accepts CFL medium base bulbs (Not Incl.)

» See Finish Disclaimer on page 184

The Bay Hill" series offers style and long lasting
durability while keeping the affordable budget in mind.
It combines solid cast aluminum with Clear Seeded glass

panels and offers several mounting options.

www.minkagroup.net



Bridgeport”

66 - Black finish
91 - Antique Bronze finish

Textured Etched Frosted glass

8717-66

Wall Mount

SIZE: 6"W 14.5"H 6.75"EXT.
1/100W Medium Base

8718-66

Wall Mount

S1ze: 8"w 18.25"H 9"EXT.
2/60W Candelabra Base

FEATURES:
» Cast Aluminum Construction T
» Powder Coat Finish Wall Mount
. . Size: 8"w 18.25"H 9"EXT.
»  Family accepts CFL candelabra or medium base 2/60W Candelabra Base
bulbs (Not Incl.), refer to item specifications 8717-91
0o N Wall Mount
»  See Finish Disclaimer on page 184 SIZE: 6"W 14.5"H 6.75"EXT.

1/100W Medium Base

The Bridgeport™ series is a classic reminder of our Colonial
past reproduced in rugged durable cast aluminum.
Bridgeport™is available in two finishes and features a
soft Textured Etched Frosted glass that emits a quiet
glow of light.

thegreatoutdoors” By MINKA-LAVERY



Segovia”

61 - Vintage Rust™ finish
94 - Heritage™ finish

8202-94-PL One Piece Etched Opal glass
Wall Mount

SIZE: 8.75"W 17"H 10.25"EXT.

1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D510,453; D512,793;
D518,224

8202-61-PL

Wall Mount

SIzE: 8.75"W 17"H 10.25"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D510,453; D512,793;
D518,224

8201-94-PL

Wall Mount

SIZE: 6.5"W 14.25"H 8"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D510,453; D512,793;
D518,224

8201-61-PL

Wall Mount

SIZE: 6.5"W 14.25"H 8"EXT.
1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D510,453; D512,793;
D518,224

FEATURES:
» Cast Aluminum Construction
» Hand Applied Multi-Step Finish

8206-94-PL N .
Blasi (@i » California Title 24 Compliant
SIzE: 8.75"DIA. 17.25"H

1/13W GU24 Spiral CFL Incl.

U.S. Patent(s): D510,453

» Compact Fluorescent Bulbs (Incl.)

» Alsoavailable:
» 61 Vintage Rust” - Incandescent, page 154
» 94 Heritage™ - Incandescent, page 154
8206-61-PL
Post Mount
SIzZE: 8.75"DIA. 17.25"H
1/13W GU24 Spiral CFL Incl.
U.S. Patent(s): D510,453

» See Finish Disclaimer on page 184

A traditionally styled cast aluminum series with tapered
silhouettes, ribbed glass and elegant details. An upscale
series at value price points.

www.minkagroup.net



Cranston”

y |

61 - Vintage Rust™ finish
94 - Heritage™ finish

One Piece Etched Driftwood glass

8252-94-PL
Wall Mount
SIzE: 8.5"W 12.75"H 10.75"EXT.
1/13W GU24 Spiral CFL Incl.

8251-94-PL

Wall Mount

SIzE: 6.5"W 8.75"H 8"EXT.
1/13W GU24 Spiral CFL Incl.

8251-61-PL

Wall Mount

SIZE: 6.5"W 8.75"H 8"EXT.
1/13W GU24 Spiral CFL Incl.

8252-61-PL

Wall Mount

SIzE: 8.5"W 12.75"H 10.75"EXT.
1/13W GU24 Spiral CFL Incl.

FEATURES:

»  Cast Aluminum Construction

» Hand Applied Multi-Step Finish

» California Title 24 Compliant

»  Compact Fluorescent Bulbs (Incl.)
» Closed Bottom

» Also available:
» 61 Vintage Rust” - Incandescent, page 153
» 94 Heritage” - Incandescent, page 153

8256-94-PL

Post Mount

SIzE: 8.5"DIA. 14.75"H
1/13W GU24 Spiral CFL Incl.

8256-61-PL
Post Mount
S1zE: 8.5"DIA. 14.75"H

»  See Finish Disclaimer on page 184
1/13W GU24 Spiral CFL Incl.

The Cranston™ family has a rich look and feel that
belies its price. Die cast aluminum construction, with
One Piece Etched Driftwood glass gives the Cranston™
character. Fluorescent and Incandescent options give it
versatility.

thegreatoutdoors” By MINKA-LAVERY



Amarante”

94 - Heritage™ finish
163 - Amarante Gold™ finish

One Piece Pressed Etched Optic glass

f

B 4

8231-94-PL 8232-94-PL

Wall Mount Wall Mount

SIzE: 7"W 10.75"H 7"EXT. SIZE: 9.25"W 14.5"H 9.25"EXT.
1/13W GU24 Spiral CFL Incl. 1/13W GU24 Spiral CFL Incl.

8232-163-PL

Wall Mount

SIZE: 9.25"W 14.5"H 9.25"EXT.
1/13W GU24 Spiral CFL Incl.

FEATURES:

» Cast Aluminum Construction

» Hand Applied Multi-Step Finish
» California Title 24 Compliant

8236-94-PL

Post Mount

SIZE: 9.25"DIA. 15.75"H
1/13W GU24 Spiral CFL Incl.

» Compact Fluorescent Bulbs (Incl.)

8236-163-PL

Post Mount

SIZE: 9.25"DIA. 15.75"H
1/13W GU24 Spiral CFL Incl.

» See Finish Disclaimer on page 184

The oval silhouette is the most striking feature of the
Amarante” collection. Our unique transitional finishes
are hand applied to each fixture. The most impressive
feature of this family is its a great value.

www.minkagroup.net



Flush Mounts

8299-91 8729-A615B 8619-A61

8299-91
SIZE: 6.25"L 6.25"W 7.25"H

1/60W Medium Base
8729-A615B

SIZE: 11.25"DIA. 4.75"H
2/60W Medium Base
8619-A61

SIZE: 16.5"DIA. 5.75"H

2/40W Medium Base

8769-166
S1zE: 13"DIA. 7.25"H

2/60W Medium Base 8769-166 8799-161 8889-A39

ves

8889-A61 8939-95 8999-61

8799-161
SIZE: 14"L 14"w 8"H
2/60W Medium Base

8889-A39
8889-A61

SIzE: 12.75"DIA. 7"H
3/40W Candelabra Base

8939-95

SIZE: 14.5"DIA. 7.5"H
3/40W Candelabra Base
© 1999 Minka Lighting, Inc.

8999-61
S1ZE: 8.5"DIA. 12"H

1/60W Medium Base
9089-407

SIzE: 15.25"L 15.25"W 8"H
4/25W Candelabra Base

U.S. Patent(s): D511,857
9149-291

9149-407

S1zE: 13"DIA. 7.75"H
2/60W Candelabra Base
U.S. Patent(s): D515,237

9089-407 9149-291 9149-407

L A A 4

thegreatoutdoors” By MINKA-LAVERY

FINISHES:

39  Spanish Iron™
61  Vintage Rust"”
91  Antique Bronze

95  Heritage” w/ Gold
Highlights

161 Mossoro Walnut™ w/
Silver Highlights

166 Corona Bronze™

291 Architectural Bronze
w/ Copper Highlights

407  Prussian Gold™

615B Dorian Bronze™




Flush Mounts

9909-61 9909-1-66 9909-91
9909-94 71174-44 71174-66
71174-91

9909-61

9909-1-66

SIZE: 11.75"DIA. 8.5"H
2/40W Candelabra Base

9909-91
9909-94
SIzE: 11.75"DIA. 9.75"H
2/40W Candelabra Base

71174-44
71174-66
71174-91
SIZE: 10.75"DIA. 6.75"H
3/40W Candelabra Base

FINISHES:

44 White

61  Vintage Rust"
66  Black

91  Antique Bronze
94  Heritage"

www.minkagroup.net



CFL Flush Mounts

8219-A61-PL 8609-A179-PL 9909-94-PL
9928-44-PL

9928-66-PL

SIZE: 11.25"DIA. 5"H 9928-44-PL 9928-66-PL 71154-61-PL
1/13W GU24 Spiral CFL Incl.

71154-61-PL
71154-91-PL
SI1zE:7.75"L 7.75"W 5.25"H
1/13W GU24 Spiral CFL Incl.
71199-A357-PL

SIZE: 10"L 10"W 7"H
2/13W GU24 Spiral CFL Incl.

72029-A179-PL
SIZE: 11.5"DIA. 4.75"H
1/26W GU24 Spiral CFL Incl.

8219-A61-PL
SIZE: 14"DIA. 7"H
1/26W GU24 Spiral CFL Incl.

8609-A179-PL
SIZE: 9.5"L 9.5"W 7"H
1/13W GU24 Spiral CFL Incl.

9909-94-PL
SIzE: 11.75"DIA. 9.75"H
2/13W GU24 Spiral CFL Incl.

71154-91-PL 71199-A357-PL 72029-A179-PL

*9e

FINISHES:
61  Vintage Rust”
179 Textured French

Bronze
94  Heritage™
44 White
66  Black

91  Antique Bronze
357 Iron Oxide

thegreatoutdoors” By MINKA-LAVERY



Compact Fluorescent

9928-44-PL

Flush Mount

SIzE: 11.25"DIA. 5"H
1/13W GU24 Spiral CFL Incl.

9928-66-PL

Flush Mount

SIzE: 11.25"DIA. 5"H
1/13W GU24 Spiral CFL Incl.

71154-61-PL

Flush Mount (Not Cast Aluminum)

SIzE:7.75"L 7.75"W 5.25"H

1/13W GU24 Spiral CFL Incl.
9920-44-PL
Pocket Lantern

Photocell Incl.

SIZE: 7.75"W 9.25"H 4.5"EXT.
1/13W GU24 Spiral CFL Incl.

Basic CFL

44 - White finish

61 - Vintage Rust™ finish
66 - Black finish

91 - Antique Bronze finish

71154-91-PL

Flush Mount (Not Cast Aluminum)

S1zE: 7.75"L 7.75"W 5.25"H FEATURES:

1/13W GU24 Spiral CFL Incl. »  Cast Aluminum Construction

>
9920-66-PL >
Pocket Lantern
SIZE: 7.75"W 9.25"H 4.5"EXT. 4

1/13W GU24 Spiral CFL Incl.

Basic CFL represents simple and efficient options for the

budget conscious.

California Title 24 Compliant
Compact Fluorescent Bulbs (Incl.)

See Finish Disclaimer on page 184

www.minkagroup.net



Posts
and

Mounts

As a complement

to our extensive

thegreatoutdoors®

collection, we now
offer a selection
of pier mounts

and posts.

A Minka Group® Company

by MINKA-LAVERY®

thegreatoutdoors-

7900-61
Direct Burial Post
3"DIA. 96"H

Additional Finishes
7900-66

7900-91

7900-94
7900-166
7900-173
7900-357

7910-66
Pier Mount
8.25"DIA. 9"H

Additional Finishes
7910-61

7910-91
7910-161
7910-407

See Finish Disclaimer on page 184

7901-66
Direct Burial Post
3"DIA. 102.5"H

Additional Finishes
7901-61

7901-91

7901-94
7901-407

7907-94
Shown with
8935-95

7930-39
Pier Mount
5.75"L 5.75"W 3.5"H

Additional Finishes

7930-51 7930-162
7930-57 7930-163
7930-61 7930-166
7930-66 7930-179
7930-91 7930-184
7930-94 7930-188

7902-66 7907-94
Post with Base Post with Base
10"DIA. 83.25"H 13"DIA. 96"H
Additional Finishes Additional Finishes
7902-61 7907-61
7902-067 7907-66
7902-91 7907-91
7902-94 7907-198B
7902-161 7907-407
7902-198B
7902-407
7940-94
Scroll Pier Mount AL
" " Shown with
12.5"DIA. 14.25"H 8936-95
Additional Finishes
7930-198B 7940-61
7930-199 7940-161
7930-357 7940-198B
7930-407 7940-407
7930-615B

thegreatoutdoors’

By MINKA-LAVERY"



i 'Kéed Kinston Bronze
* Alder Bronze
llendale Bronze
Amarante Gold"
o -Anthue Bronze
: ArchItectural B@nze

Arch1te¢tural Bronze
i w1th Coﬁpgr H1ghhghts

Mossoro Walnut™

162

161 Mossoro Walnut™ with
Silver Highlights

252 Nanti Champagne Silver

143 0il Rubbed Bronze

143C 0il Rubbed Bronze with
Gold Highlights

149 Portsmouth Bronze

407 Prussian Gold™

198B Ravello Bronze™ with
Gold Highlights

256 Regal Bay Patina

57 Roman Bronze™

51 Rust

067 Rustic Bronze

609 Silver

39 Spanish Iron™

489 Taylor Bronze™

179 Textured French Bronze

247 Tinted Silver

61 Vintage Rust™

44 . \White

188

Windsor Rust™

5

F1mshes

Finish Codes (Numencal)

C 143
W 143C

Al144

144
149
161
162
163
166
171
173

179
184

188
189
1988B .

199
212
246
247
252

256

262
277
291

298
357
407
489
609

rf;' £
Spamsh Iron
White
Rust
Roman Bronze™
Vintage Rust™
Black
Rustic Bronze
Antique Bronze
Heritage™

Heritage™ with
Gold Highlights

. ‘Aspen Bronze™

_01’[ Rubbed Bronze

615B°

0il Rubbed Bronze with
Gold Highlights

"Brushed Aluminum :

Brushed Stainless Steel
Portsmouth Bronze

Mossoro Walnut™ with
Silver Highlights

Mossoro Walnut™
.Amarante Gold™
Corona Bronze™
Architectural Bronze
Forged Silver

Textured French Bronze

i Astdri Patinia
‘Windsor Rust™
“Chelesa Bronze™

<. Ravello Bronze™ with

77/Gold Highlights

Forged Iron
English Brass
Alder Bronze
Tinted Silver

. Nanti Champagne Silver
‘/Regal Bay Patina

Allendale Bronze
Dark Sienna Bronze

Architectural Bronze with
Copper Highlights

Aged Kinston Bronze
Iron Oxide
Prussian Gold™
Taylor Bronze™ ¢

Silver /'
Dorian Bronze™




Finish Codes

39 57
Spanish Iron™ White Rust Roman Bronze™

61 91 94
Vintage Rust™ Black Antique Bronze Heritage™

95 138 143 143C
Heritage™ Aspen Bronze™ 0il Rubbed Bronze 0il Rubbed Bronze
w/ Gold Highlights w/ Gold Highlights

Al44 144 149 161
Brushed Aluminum Brushed Stainless Steel Portsmouth Bronze Mossoro Walnut™
w/ Silver Highlights

162 163 166 171
Mossoro Walnut™ Amarante Gold" Corona Bronze™ Architectural Bronze

thegreatoutdoors” By MINKA-LAVERY



Finish Codes

173 179 184 188
Forged Silver Textured French Bronze Aston Patina Windsor Rust™

189 198B 199 212
Chelesa Bronze™ Ravello Bronze™ Forged Iron English Brass
w/ Gold Highlights

246 247 256 262
Alder Bronze Tinted Silver Regal Bay Patina Allendale Bronze

277 291 298 357
Dark Sienna Bronze Architectural Bronze Aged Kinston Bronze Iron Oxide
w/ Copper Highlights

407 489 609 615B
Prussian Gold™ Taylor Bronze™ Silver Dorian Bronze™

Hand-painted finishes and components made from natural materials may reflect variations in color and texture.

These are not imperfections and enhance the unique appearance of each and every Minka-Lavery’ fixture.
Specifications are subject to change at any time. www.minkagroup.net



Index Compact Fluorescent

"% v h

Abbey Lane™ Amarante™ Amarante™ Andrita Court™
Page 140-141 Page 159 Page 159 Page 120-121

"

Arbor Hill" Arch Ardie“‘ Aspen™II

Page 104 Page 51 Page 132-133 Page 140
Aston Court™ Bay View" Bay View" Berkeley”
Page 142-143 Page 118-119 Page 118-119 Page 126
Ceramic Chelesa Road™ Colva Cranston™

Page 113 Page 144-145 Page 127 Page 158

thegreatoutdoors’ By MINKA-LAVERY'



Compact Fluorescent Index

reee

Cranston™ Danbury” Danbury” Danbury”

Page 158 Page 117 Page 117 Page 117
Delancy” Forio Forio Grafton Road™
Page 128-130 Page 109 Page 109 Page 117
Harrison™ Jessica k Home, Kent Place™ Lander Heights™
Page 134-135 The Romance Collection Page 114-115 Page 124-125

Page 138-139

Lona Lugarno Square™ Lugarno Square™ Lumiere de Ville™
Page 131 Page 58-59 Page 58-59 Page 49

www.minkagroup.net



Index Compact Fluorescent

) $

i

Montellero

Mallorca™ Merrimack™ Montalbo™
Page 136-137 Page 116 Page 106 Page 146-147
Mossoro™ II Nanti Scottsdale™ II Segovia”
Page 107 Page 123 Page 122 Page 157

Segovia™ Sterling Heights Vanira Place™
Page 157 Page 48 Page 111

Index Dark-Sky

Arbor Hill" Artisan Lane Artisan Lane Bay Crest™
Page 104 Page 108 Page 108 Page 112

thegreatoutdoors’ By MINKA-LAVERY'



Dark-Sky Index

2 8 m )

Bay Crest™ Ceramic Everton Forio
Page 112 Page 113 Page 113 Page 109
Forio Kirkham™ new Montalbo™ Mossoro™ I1
Page 109 Page 89, 110 Page 106 Page 107

Sage Ridge™ Soare Vanira Place™ Westgate
Page 105 Page 57 Page 111 Page 56

Incandescent In dex

X3

Abbey Lane™ Addison Park Allendale Park
Pages 44-45 Page 43 Pages 98-99 Pages 34-35

www.minkagroup.net
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Index Incandescent

D % 2

Ardmore™ Ardmore™ Bay Crest™ Bay Crest™
Pages 73-75 Pages 76-77 Page 112 Page 112

Bay Hill Bay Hill Bay View" Bay View"
Page 155 Page 155 Page 52-53 Page 52-53

Berkeley™ Bridgeport™ Bridgeport™ Burwick™

Page 26 Page 156 Page 156 Page 150-151

Castle Ridge™ Ceramic Cranston™ Cranston™
Page 66-67 Page 113 Page 153 Page 153

thegreatoutdoors’ By MINKA-LAVERY'



Crossroads Point
Page 30-31

f

Hancock™
Page 152

Irvington Manor new
Page 2-3

)

Las Brisas
Page 72

Delshire Point
Page 61

/

Harrison™
Page 12-14

#

Kent Place™
Page 4-5

Lighthouse Road
Page 100-101

Incandescent Index
Edenshire new Glen Allen™
Page 22-23 Page 27

y

Harrison™ Harveston Manor
Page 69-71 Page 24-25

Kent Place™ Kirkham™
Page 20-21 Page 110

{ I I
Lynnfield new Mallorca™
Page 64-65 Page 80-81

www.minkagroup.net



Index Incandescent

Mallorca™ Marie! Merrimac Mission Bay"

Page 78-79 Page 82-83 Page 16-17 Page 47
Montanero™ Morgan Park™ Mossoro™ Newport

Page 86-87 Page 84-85 Page 32-33 Page 36-38
Oxford Road Park Terrace Regal Bay Rivendale Court

Page 46 Page 39 Page 102-103 Page 6-7

l |
Sage Ridge™ Segovia” Segovia™ Settlers Way new
Page 105 Page 154 Page 154 Page 28-29

thegreatoutdoors® By MINKA-LAVERY'



Stratford Hal

Solara Hills Spyglass Cove
Page 9 Page 63 Page 40-42
c' ‘ I
Taylor Court™ Townsend” Travessa
Page 18-19 Page 62 Page 8
Tuscan Way Urban Retreat Valencia Bay

Page 148

Page 63

Wickford Bay™
Page 15

Page 60

Winward Manor
Page 68

Wilshire Park new
Page 10-11

Incandescent Index

Summit Road
Page 149

'

Tuscan Way
Page 148

Vista Delmar
Page 50

2

Wyndmere™
Page 149

www.minkagroup.net



In dex Halogen/Xenon

D Everton Geox Soare Westgate

Pae 55 Page 113 Page 54 Page 57 Page 56

In dex Ever-Pro™

Allendale Park Lighthouse Road Regal Bay
Pages 98-99 Page 100-101 Page 102-103

Index LED

-hge

Kirkham™ new Lauriston Manor Merrimack™ new Wickford Bay™ new
Page 89 Page 96-97 Page 90-91 Page 94-95

thegreatoutdoors’

Wynterfield new
Page 92-93

thegreatoutdoors’ By MINKA-LAVERY'



Index

Model No. Page  Model No. Page  Model No. Page
564-1 113 7910-91 164  8102-A138-L 89
564-PL 113 7910-161 164  8106-A138 110
1490-A357-PL 123 7910-407 164  8106-A138-L 89
1492-A357-PL 123 7930-39 164  8121-A188-PL 111
1496-252-PL 123 7930-51 164  8122-A188-PL 111
1496-357-PL 123 7930-57 164  8126-A188-PL 111
7900-61 164  7930-61 164  8201-61 154
7900-66 164  7930-66 164  8201-61-PL 157
7900-91 164  7930-91 164  8201-94 154
7900-94 164  7930-94 164  8201-94-PL 157
7900-166 164  7930-162 164  8202-61 154
7900-173 164  7930-163 164  8202-61-PL 157
7900-357 164  7930-166 164  8202-94 154
7901-61 164  7930-179 164  8202-94-PL 157
7901-66 164  7930-184 164  8206-61 154
7901-91 164  7930-188 164  8206-61-PL 157
7901-94 164  7930-198B 164  8206-94 154
7901-407 164  7930-199 164  8206-94-PL 157
7902-61 164  7930-357 164  8210-A61-PL 147
7902-66 164  7930-407 164  8212-A61-PL 147
7902-067 164  7930-615B 164  8213-A61-PL 146
7902-91 164  7940-61 164  8214-A61-PL 147
7902-94 164  7940-94 164  8216-A61-PL 147
7902-161 164  7940-161 164  8218-61-PL 147
7902-198B 164  7940-198B 164  8219-A61-PL 147,162
7902-407 164  7940-407 164  8231-94-PL 159
7907-61 164  8011-91-PL 104  8232-94-PL 159
7907-66 164  8012-91-PL 104  8232-163-PL 159
7907-91 164  8013-91-PL 104  8236-94-PL 159
7907-94 164  8014-91-PL 104  8236-163-PL 159
7907-198B 164  8016-91-PL 104  8251-61 153
7907-407 164  8101-A138 110  8251-61-PL 158
7910-61 164  8101-A138-L 89  8251-94 153
7910-66 164  8102-A138 110  8251-94-PL 158
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Model No.

Page

Model No.

Page

Model No.

Page

8252-61 153  8299-91 47,160  8690-66 70
8252-61-PL 158  8551-57 27  8691-1-61-PL 135
8252-94 153  8552-57 27  8691-61 13
8252-94-PL 158  8553-57 27  8691-66 70
8256-61 153  8555-57 27  8692-1-61-PL 134
8256-61-PL 158  8558-57 27  8692-61 13
8256-94 153  8560-51 26  8692-66 70
8256-94-PL 158  8560-51-PL 126  8693-61 12
8261-161 33  8561-51 26  8693-66 69
8262-161 33  8561-51-PL 126  8694-1-61-PL 135
8263-161 33  8562-51 26  8694-61 13
8264-161 33  8562-51-PL 126  8694-66 71
8265-161 33  8563-51 26 8695-1-61-PL 135
8266-161 33  8566-51-PL 126 8695-61 14
8267-161 32 8567-51 26  8695-66 71
8268-161 33  8567-51-PL 126  8696-1-61-PL 135
8271-A357 15  8581-51 62  8696-61 14
8271-A357-L 95  8582-51 62  8696-66 70
8272-A357 15  8586-51 62  8697-1-61-PL 135
8272-A357-L 95  8601-A179-PL 122 8697-61 14
8273-A357 15  8602-A179-PL 122 8697-66 71
8273-A357-L 94  8603-A179-PL 122 8698-1-61-PL 135
8274-A357 15  8605-A179-PL 122 8698-61 14
8274-A357-L 95  8609-A179-PL 122,162  8698-66 71
8276-A357 15  8610-A61 19  8717-66 156
8276-A357-L 95  8611-A61 19  8717-91 156
8281-A61 105  8612-A61 19  8718-66 156
8282-A61 105  8613-A61 19  8718-91 156
8283-A61 105  8614-A61 19  8721-A615B 25
8284-A61 105  8616-A61 19  8722-A615B 25
8286-A61 105  8617-A61 18  8723-A615B 24
8291-91 47  8619-A61 19,160  8724-A615B 25
8292-91 47  8690-1-61-PL 135  8725-A615B 25
8296-91 47  8690-61 13 8726-A615B 25
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Model No. Page  Model No. Page  Model No. Page
8729-A615B 25,160  8810-57 35  8889-A61 79, 160
8750-161 87  8811-57 35  8900-94 38
8751-161 87  8812-57 34  8901-94 38
8752-161 86  8815-57 35  8902-94 37
8755-161 87  8816-57 35  8903-94 36
8756-161 87  8817-57 35  8904-94 37
8761-66-L 91  8840-94 85  8905-94 38
8761-166 17 8841-94 85  8906-94 37
8761-166-PL 116  8842-94 84  8907-94 38
8762-66-L 91  8844-94 85  8908-94 37
8762-166 17 8845-94 85  8909-94 37
8762-166-PL 116  8846-94 85  8930-95 41
8763-66-L 90  8847-94 85  8931-95 41
8763-166 16  8880-A39 81  8932-95 42
8763-166-PL 116  8880-A39-PL 137  8933-95 41
8764-66-L 91  8880-A61 79  8934-95 41
8764-166 17  8881-A39 81  8935-95 41, 164
8765-166 17  8881-A39-PL 137  8936-95 42,164
8766-66-L 91  8881-A61 79  8937-95 42
8766-166 17  8882-A39 81  8939-95 41,160
8769-166 17,160  8882-A39-PL 136  8950-94 151
8771-161-PL 107  8882-A61 79  8951-94 151
8772-161-PL 107  8883-A39 80  8952-94 151
8773-161-PL 107  8883-A61 78  8953-94 150
8776-161-PL 107  8884-A39 81  8954-94 151
8790-161 83  8884-A61 79  8956-94 151
8791-161 83  8885-A39 81  8988-61 75
8792-161 83  8885-A39-PL 137  8988-61-PL 133
8793-161 82  8885-A61 79  8988-66 77
8795-161 83  8886-A39 81  8989-61 74
8796-161 83  8887-A39 81  8989-61-PL 133
8797-161 83  8887-A39-PL 137  8990-61 75
8798-161 83  8887-A61 79  8990-61-PL 133
8799-161 83,160  8889-A39 81,160  8990-66 77

Index
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Model No.

Page

Model No.

Page

Model No.

Page

8991-61 74 9141-291 5 9181-184-PL 143
8991-61-PL 133 9141-407 21  9182-184-PL 143
8991-66 77  9141-407-PL 115  9183-184-PL 142
8992-61 75  9142-291 5  9184-184-PL 143
8992-61-PL 132 9142-407 21 9186-184-PL 143
8992-66 76  9142-407-PL 115  9190-189-PL 145
8993-61 73 9143-291 4 9192-189-PL 145
8994-61 75 9143-407 21 9193-189-PL 144
8994-61-PL 133 9143-407-PL 114 9194-189-PL 145
8995-61 74 9144-407 21 9195-189-PL 145
8995-61-PL 133 9145-407 21  9221-256 103
8995-66 77  9146-291 5 9222-256 103
8996-61 74 9146-407 21  9223-256 102
8997-61 75  9146-407-PL 115 9224-256 103
8997-61-PL 133 9147-407 20  9226-256 103
8997-66 77  9149-291 5,160  9231-161 67
8999-61 74,160  9149-407 21,160  9232-161 67
9010-66 152 9150-357-PL 141  9233-161 66
9011-66 152 9151-A357 45  9234-161 67
9016-66 152 9151-A357-PL 141 9236-161 67
9018-66 152 9152-A357 45  9243-1-66-PL 106
9060-66 155  9152-A357-PL 141  9244-1-66-PL 106
9060-91 155  9153-A357 45  9246-1-66-PL 106
9066-66 155  9153-A357-PL 140  9251-A199-PL 125
9066-91 155  9154-A357 45  9252-A199-PL 125
9067-66 155  9154-A357-PL 141 9253-A199-PL 124
9067-91 155  9156-A357 45 9254-A199-PL 125
9089-407 160  9156-A357-PL 141 9256-A199-PL 125
9091-95 40  9157-357 44 9260-262 99
9094-95 42 9161-66 39 9261-262 99
9110-198B-PL 139  9162-66 39  9262-262 99
9111-198B-PL 139  9163-66 39 9263-262 98
9112-198B-PL 138  9166-66 39 9264-262 99
9116-198B-PL 139  9180-184-PL 143 9266-262 99
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Model No.

Page

Model No.

Page

Model No.

Page

9271-277 101 9811-166 61 71196-A357-PL 129
9272-277 101 9812-166 61 71197-A357-PL 129
9273-277 100  9813-166 61 71198-A357-PL 129
9274-277 101 9821-298 60  71199-A357-PL 130, 162
9276-277 101 9822-298 60  72001-A138-PL 131
9281-171 31 9836 113 72002-A138-PL 131
9282-171 31 9838 113 72011-A173-PL 59
9283-171 30  9841-298 63  72011-A615B-PL 58
9286-171 31 9842-298 63  72012-A173-PL 59
9291-357 148  9909-1-66 77,161 72012-A615B-PL 58
9292-357 148  9909-61 75, 161 72016-A173-PL 59
9295-357 148  9909-91 161 72016-A615B-PL 58
9297-357 148  9909-94 38, 85, 161 72020-A179-PL 121
9298-357 148  9909-94-PL 162  72021-A179-PL 121
9299-357 148  9920-44-PL 163  72022-A179-PL 121
9301-171 9  9920-66-PL 163  72023-A179-PL 120
9302-171 9  9928-44-PL 162,163  72024-A179-PL 121
9306-171 9  9928-66-PL 162,163  72026-A179-PL 121
9801-143 53 71153-44-PL 117 72029-A179-PL 121, 162
9801-143-PL 119  71153-91-PL 117 72041-A66-PL 49
9801-144 53 71153-94-PL 117 72042-A66-PL 49
9801-144-PL 119  71154-61-PL 162,163  72046-A66-PL 49
9802-143 53 71154-91-PL 162,163  72071-489-PL 117
9802-143-PL 119  71166-91 149  72101-357-PL 51
9802-144 53 71167-91 149  72103-357-PL 51
9802-144-PL 119 71174-44 161 72106-357-PL 51
9803-143 52 71174-66 161 72111-149 11
9803-143-PL 118  71174-91 161 72112-149 11
9803-144 52 71190-A357-PL 130  72113-149 10
9803-144-PL 118  71191-A357-PL 130  72114-149 11
9806-143 53 71192-A357-PL 130  72116-149 11
9806-143-PL 119  71193-A357-PL 128  72121-144-PL 127
9806-144 53 71194-A357-PL 129  72122-144-PL 127
9806-144-PL 119  71195-A357-PL 130  72131-357-PL 131

Index
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Model No.

Page

Model No.

Page

Model No.

Page

72141-609-PL 109 72271-66 149 72391-143C 97
72141-615B-PL 109 72272-66 149 72392-143C 97
72142-609-PL 109 72281-66 68  72393-143C 96
72142-615B-PL 109 72282-66 68  72396-143C 97
72161-179 29 72286-66 68  72400-615B 113
72162-179 28  72291-291 46 72411-51-L 93
72164-179 29 72292-291 46  72412-51-L 93
72166-179 29 72294-291 46 72413-51-L 92
72170-189 3 72301-291 7 72414-51-L 93
72171-189 3 72302-291 7 72416-51-L 93
72172-189 3 72303-291 6  72420-212 23
72173-189 2 72306-291 7 72421-212 23
72174-189 3 72311-615B 43 72422-212 23
72176-189 3 72312-615B 43 72423-212 22
72191-144 50 72313-615B 43 72424-212 23
72192-144 50  72321-247 57 72426-212 23
72196-144 50  72322-247 57  W30-1-A357 130
72211-615B 112 72331-291 8
72211-A144 112 72332-291 8
72212-615B 112 72336-291 8
72212-A144 112 72341-615B 55
72231-143C 65 72342-615B 55
72232-143C 65 72343-615B 55
72233-143C 64  72351-615B-PL 48
72234-143C 65 72352-615B-PL 48
72236-143C 65 72353-615B-PL 48
72251-66 108  72356-615B-PL 48
72251-171 108  72361-171 72
72252-66 108  72362-171 72
72252-171 108  72363-171 72
72253-66 108  72371-615B 54
72253-171 108  72372-615B 54
72261-189 63 72381-246 56
72262-189 63 72382-246 56

By MINKA-LAVERY



Bulb Chart

Frosted Clear
JD50  JOGED
Frosted Clear X635 JX9.025 [25W) JXB1520 JOX050 (50W]  (50W)
X420 JX4C10 [35W) JX9.035 35W) (20W) (50W] JD75  JOCT5
(20W) [(10W] JXB50 JX9.040 (45W) JXB1550 JOX75 (75W]  (75W]
Xaceo (50W) JX9.060 (BOW) (50W) (75W] JD100 JDC100
(20W) JX9075 [75W) (100W] (100W)
10W XENON JCX 12V 35WXENON JCX 12V 25\ G XENON 120V 20WXENON 120V 50W MINICAN XENON 120V 50W MINI CAN HALOGEN 120V
20W XENON JCX 12V BOWXENON JOX 12V 35W G3 XENON 120V S0WXENON 120V 75W MINICAN XENON 120V 75\ MINI CAN HALOGEN 120V
GY6.35 BIPIN BASE GY6.35 BIPIN BASE 40W G3 XENON 120V DC (BAYONET) 100W MINI CAN XENON 120V 100W MINI CAN HALOGEN 120V
B0W G9 XENON 120V E11 BASE E11 BASE
75W G9 XENON 120V
G9 BASE
JB-100 (100W]
JB-150 [150W]
J6U035 JMR16C20 [20W) PAR16:50 PAR30-75
(35W) JMR16C-35 [35W) (50W) (75W)
JBU-50 JMR16C50 (50W)
(50W]
10V XENON JCX 12V 20W HALOGEN MR16 12V 100/150W 78MM 120V 50WPAR16HALOGEN ~ 75W PAR 30 HALOGEN 50W R20 HALOGEN
20'W XENON JCX 12V 35W HALOGEN MR16 12V DOUBLE ENDED E26 BASE LONG NECK E26 BASE
GYB.35 BHPIN BASE 50W HALOGEN MR16 12V HALOGEN (J-TYPE] E26 BASE
GX5.3 BLPIN BASE R75 BASE
FLB13M
JOR75 JT227 JFTT13 10413 JT427 [FE%M FLB135
[75W) 27W] (13W] (13W] 27W) feth (13W]
FLB2BM
(26W)
75W MR16 27W FPL 13W 2PN 13W 4PN [PLC) 27W Full 24 CFL 13V SPIRAL CFL 13V SPIRAL CFL
E17 BASE GX10g4 BASE GX23 BASE GR4c-1 BASE GX10g4 BASE 18V SAUAT SPIRAL CFL E26 BASE
26W SPIRAL CFL
GU24 BASE
FLC22 Ballast: BLSTOBT5 FLBOTC JDX2050 JODFT10
(22w JT58 7w (50W) (100W)
FLC32 JT513 JDX2F.050
(32W) (50W]) Frosted
FLC40
(40w)
FC1279 (32W) 8W FLUORESCENT 7W C7 CFL 7WC7 25WG16%  5OWJOD XENON 120V 60WT10 120V
T9 CIRCULINE 13V FLUORESCENT E12 BASE 40WB105 40WG16 % E12 BASE 100W T10 120V
FLC32 75 BASE BOW B105 B0WG16% E26 BASE
E12 BASE E12 BASE
40W G40 40W A15 40WA19 150W A21 (3 Way) B0W G25 B0W G30 B0W BR30
BOW G40 BOWA15 BOW A19 E26 BASE 100W G25 100W G30 E26 BASE
100W G40 E26 BASE 75W A19 E26 BASE E26 BASE
E26 BASE 100W A19
E26 BASE
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Acknowledgements / Disclaimer / Warranty

»  Minka-Lavery® will warranty only product sold through authorized Minka-Lavery® dealers.

» All products depicted in this catalog, when properly installed, are UL or ETL listed, suitable for Wet Location. The
only exception are flush mounts and chain hung which are UL or ETL listed, suitable for Damp Location.

»  We strive to make sure each finish matches the colors which appear in this catalog; however, finishes may vary due to
various chemical processes and the nature of hand-craftsmanship.

» Seeded glass (both flat panel and mouth blown) is handmade and variations will occur.
» Larger size lanterns may require reinforced outlet boxes or additional support.

» Although we use the best available clear weather resistant lacquer, we cannot guarantee our exterior finishes due to
extreme adverse conditions such as acid rain, ultraviolet rays, salt air, etc.

»  We cannot guarantee our direct burial post due to environmental characteristics including moisture, salinity,
corrosiveness and other soil and air conditions.

» The finish on our wrought iron series may be affected by direct salt water spray exposure.

» We reserve the right to make design changes and modifications without prior notification.

WARRANTY - All products in this catalog, other than our LED fixtures which has a limited Power Supply warranty
(Module, PC Board Diodes and Drivers) for three (3) years, are warranted to be free of defects in material and
workmanship for one (1) year from date of purchase. This warranty is limited to the correction of any such defect, or
the replacement of any such defective item, provided that: (a) item(s) was (were) purchased from an authorized Minka
Group’ distributor; (b) we are properly notified and consent to the return of the item(s) in question: (c) the item(s) is/
are returned with proof of purchase date; and (d) itis found upon inspection by us that the item(s) is/are defective as
noted above. This warranty does not cover labor costs, consequential damages, nor does it apply to any item(s) that
have been improperly installed, overloaded, altered, or otherwise abused by the customer, its agent(s) or employee(s).

All finishes, other than our Ever-Pro Series Outdoor product finishes which has a limited warranty for three (3) years,
are specifically excluded from the terms of this warranty since they are subject to environmental and maintenance
damages beyond our control. Other than the described obligation, we assume no further liability with respect to the
sale or use of our products. We make no warranty, express or implied, and disclaim any warranty of merchantability or
fitness for a particular purpose.

Product specifications are subject to change at any time.
GENERAL CONDITIONS - The Great Outdoors’ by Minka-Lavery” may terminate its business relationship with any dealer
that fails to maintain adequate stock of The Great Outdoors” product. Further, The Great Outdoors’ by Minka-Lavery’

may cease selling product to any dealer that sells or distributes to an unauthorized dealer for resale purposes.
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