
C olor in Quoizel Naturals products may vary from 
images shown because of variations in natural materials.

Scan with your smart phone or tablet
to view an informative video relating
to Quoizel Naturals products!

From the CHAMBERS COLLECTION: CHB5204DK (p.270)



mclg337rc
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aguna

mc8420crc

Pendant converts 
to Semi-Flush Mount

mc842crc

mc842src

Finish: 

Renaissance Copper

shADE: 

Oyster Mica & Mosaic Tile
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n A T U R A l S

mclg1612rc

mclg1616rc

mc842trc

mc842prc

mc842Frc

aguna
                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                      SHADE DIMS.

                                          MC842CRC                  6.5" H*, 16" W, 16" Dp.                                      5" D                                 3-60W Med. Base or 13W CFL                       16" x 6"

                                          MC842FRC                  60" H, 16" W, 16" Dp.                                           -                                    2-60W Med. Base or 13W CFL                     16" x 7.5"

                                          MC842PRC                  7.5" H*, 6" W, 6" Dp.                                          5" D                                 1-60W Med. Base or 13W CFL                        6" x 8"

                                          MC842SRC                  12" H, 16" W, 16" Dp.                                         5" D                                 3-60W Med. Base or 13W CFL                       16" x 6"

                                          MC842TRC                  25" H, 16" W, 16" Dp.                                           -                                    2-60W Med. Base or 13W CFL                      16" x 7.5

                                          MC8420CRC                5.5" H*, 22" W, 22" Dp.                                      5" D                                 4-60W Med. Base or 13W CFL                       22" x 6"

                                          MCLG1612RC              5.5" H, 12" W, 12" Dp.                                       12" D                                2-60W Med. Base or 13W CFL                       12" x 4"

                                          MCLG1616RC              5.5" H, 16" W, 16" Dp.                                       16" D                                3-60W Med. Base or 13W CFL                     16" x 4.5"

                                          MCLG337RC                21" H**, 37" W, 16" Dp.                            7.5" L x 4.5" W                         3-100W Med. Base or 23W CFL                37" x 16" x 8"

                                          Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Comes with (4) 6" and (4) 12" Rods.





n A T U R A l S

From the LAGUNA COLLECTION:
Mini Pendant: MC842PRC   Pendants: MC842CRC   

Photo Courtesy of Devane Design
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mccs1720As
mccs2820As

mccs6326As

mccs9357As

mccs9470As

yrus

                                                   PRODUCT                    DIMENSIONS                                                 CANOPY                             BULBS

                                                   MCCS1720AS              12.5" H, 19.5" W, 19.5" Dp.                                6" D                                 3-60W Med. Base or 13W CFL

                                                   MCCS2820AS              26.5" H, 19.5" W, 19.5" Dp.                              5.5" D                                3-60W Med. Base or 13W CFL                   

                                                   MCCS6326AS              25.5" H, 19.5" W, 19.5" Dp.                                   -                                    2-60W Med. Base or 13W CFL                   

                                                   MCCS9357AS              57.5" H, 19.5" W, 19.5" Dp.                                   -                                    2-60W Med. Base or 13W CFL

                                                   MCCS9470AS              70" H, 19.5" W, 19.5" Dp.                                      -                                    1-150W Med. Base 3-Way                         

                                                   Chain-hung fixture comes with 8' of wire and 4' of chain. Contains 144 pieces of Oyster Mica & Tiffany Glass. 

Finish: 

Anniversary Silver

shADE: 

Oyster Mica & Tiffany Glass

yrus
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n A T U R A l S

mckD1715tm

mc1910mm

ingsford
Finish: Teco Marrone

shADE: Oyster Mica

orrow
Finish: Mottled Silver

shADE: Mica

Pendant converts 
to Semi-Flush Mount

Pendant converts 
to Semi-Flush Mount

mckD1505tm

mckD2819tm

For � 2015

nEW! 

For � 2015

nEW! 

                                          PRODUCT                    DIMENSIONS                                      CANOPY/BACKPLATE                   BULBS                                                      SHADE DIMS.

                                          MC1910MM                 8.5" H*, 18" W, 18" Dp.                              6" D x 0.75" H                          3-60W Med. Base or 13W CFL                    14.5" x 7.5"

                                          MCKD1505TM             9" H*, 7.5" W, 5.5" Dp.                               6" D x 0.75" H                          1-60W Med. Base or 13W CFL                 4.5" x 5.5" x 6"

                                          MCKD1715TM             11.5" H, 15" W, 15" Dp.                              6" D x 0.75" H                          3-60W Med. Base or 13W CFL                  13" x 15" x 6"

                                          MCKD2819TM             15.5" H*, 19" W, 18" Dp.                           6" D  x 0.75" H                         3-60W Med. Base or 13W CFL                  15" x 18" x 7"

                                          Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.
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266

Artisans

icaleaf
shADE: Soft Green Mica

ega
Finish: imperial Bronze

shADE: Oyster Mica

ighland
shADE: Solf Green Mica

mc410F

mc1691tib

mc410t

AT
W
O
RK

mc120t

                                                             PRODUCT            DIMENSIONS                                 BULBS                                                                SHADE DIMS.

                                                             MC120T               25" H, 17.5" W, 17.5" Dp.               2-60W Med. Base or 13W CFL                            8.5" x 17" x 9"

                                                             MC410F               62" H, 18.5" W, 18.5" Dp.               2-75W Med. Base or 18W CFL                           9" x 18.5" x 11"

                                                             MC410T               28" H, 16" W, 16" Dp.                     2-60W Med. Base or 13W CFL                               16" x 8.5"

                                                             MC1691TIB          26" H, 16" W, 16" Dp.                     2-60W Med. Base or 13W CFL                                16" x 8"
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n A T U R A l S

See matching chandelier BDR5006IB
in the Dining & Foyer section on page 173.

arwick
Finish: Western Bronze

shADE: Oyster Mica

lagstaff
Finish: imperial Bronze

shADE: Amber Mica

listar
Finish: imperial Bronze

shADE: Oyster Mica 

and Tiffany Glass

andelier
Finish: imperial Bronze

shADE: Oyster Mica

mc1699tWt

bDr2820ib

mc1862tib

mc1797tib

                                          PRODUCT                    DIMENSIONS                                                CANOPY                          BULBS                                                                 SHADE DIMS.

                                          BDR2820IB                  30" H, 20" W, 20" Dp.                                       5.5" D                            3-60W Cand. Base                                                    20" x 6"

                                          MC1699TWT               21.5" H, 13.5" W, 13.5" Dp.                                  -                                 2-60W Med. Base or 13W CFL                           9.5" x 13.5" x 6"

                                          MC1797TIB                 23" H, 17" W, 17" Dp.                                           -                                 2-60W Med. Base or 13W CFL                                17" x 6.5"

                                          MC1862TIB                 23" H, 15" W, 9" Dp.                                             -                                 2-60W Med. Base or 13W CFL                (6" x 12.5") x (9" x 15") x 5.5"*

                                          Chain-hung fixture comes with 8' of wire and 4' of chain. *Contains 20 pieces of Oyster Mica & Tiffany Glass.



From the POMEZ COLLECTION: TF1507VB
Photo Courtesy of Advance Cabinetry.  www.advancecabinetry.com
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n A T U R A l S

tF135tbc

tF1507Vb

tF135Fbc

Artisans

AT
W
O
RK

tF6825cn

tF2819Vb

omez

Finish: 

Vb Vintage Bronze  bc Burnt Cinnamon

cn Cinnamon

glAss: 

Agate Stone

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                                 

                                          TF135FBC                    62" H, 18" W, 18" Dp.                                           -                                    3-75W Med. Base or 18W CFL                             

                                          TF135TBC                    29.5" H, 18" W, 18" Dp.                                        -                                    3-75W Med. Base or 18W CFL                             

                                          TF1507VB                    9" H*, 7" W, 7" Dp.                                           5.5" D                                1-100W Med. Base or 23W CFL                           

                                          TF2819VB                    24" H, 19" W, 19" Dp.                                       5.5" D                                3-100W Med. Base or 23W CFL                           

                                          TF6825CN                   20.5" H, 16" W, 16" Dp.                                        -                                    2-75W Med. Base or 18W CFL

                                          Chain-hung fixture comes with 8' of wire and 4' of chain. Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

omez
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chb1612Dk

chb5208Dk

chb5206Dk

chb5204Dk

VINTAGE STYLE
bulb included

hamber

hamber

Finish: 

Darkest Bronze

                                                   PRODUCT                      DIMENSIONS                                              CANOPY                              BULBS

                                                   CHB1612DK                   16" H, 12" W, 12" Dp.                                     5.5" D                                1-60W Vintage Bulb (Supplied)*               

                                                   CHB5204DK                   21" H, 16" W, 16" Dp.                                     5.5" D                               4-60W Cand. Base                                     

                                                   CHB5206DK                   29" H, 24" W, 24" Dp.                                     5.5" D                               6-60W Cand. Base                                     

                                                   CHB5208DK                   35.5" H, 30.5" W, 30.5" Dp.                            5.5" D                               8-60W Cand. Base                                     

Chain-hung fixtures come with 12' of wire and 8' of chain. Max Wattage: 1-100W Med. Base or 23W CFL.
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n A T U R A l S

mcrm1507pn

mcrm1716pn

mcrm2816pn

uckman
Pendant converts 

to Semi-Flush Mount

mc1706cpn

Finish: 

Palladian Bronze

shADE: 

Outer: Rattan

inner: Oyster Mica

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                                 SHADE DIMS.

                                          MC1706CPN                9.5" H*, 20" W, 20" Dp.                                   5.25" D                               3-60W Med. Base or 13W CFL               Inner: 14" x 7.5", Outer: 20" x 8"

                                          MCRM1507PN             8" H*, 7" W, 7" Dp.                                          5.25" D                               1-60W Med. Base or 13W CFL                                   4" x 7"

                                          MCRM1716PN             13.5" H, 16" W, 16" Dp.                                   5.25" D                               3-60W Med. Base or 13W CFL                                  16" x 8"

                                          MCRM2816PN             9" H*, 16" W, 16" Dp.                                      5.25" D                               3-60W Med. Base or 13W CFL                                  16" x 8"

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

uckman



Artisans

AT
W
O
RK
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zE1617k

zE1717k

zE2816k

zE9363k

Pendant converts 
to Semi-Flush Mount

zE2822k

en

en
                                                   PRODUCT                    DIMENSIONS                                                CANOPY                              BULBS                                                       SHADE DIMS.

                                                   ZE1617K                      6.5" H, 17" W, 17" Dp.                                     8.25" D                               3-60W Med. Base or 13W CFL                      17" x 5.5"

                                                   ZE1717K                      12.5" H, 17" W, 17" Dp.                                      7" D                                 3-100W Med. Base or 23W CFL                    17" x 5.5"

                                                   ZE2816K                      10.5" H*, 16" W, 16" Dp.                                 5.25" D                               3-60W Med. Base or 13W CFL                      16" x 8.5"

                                                   ZE2822K                      11.5" H*, 22" W, 22" Dp.                                 5.25" D                               4-100W Med. Base or 23W CFL                22" x 22" x 10"   

                                                   ZE9363K                      63" H, 21" W, 21" Dp.                                           -                                    2-100W Med. Base or 23W CFL                 17" x 17" x 8"

                                                   Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

Finish: 

Mystic Black

shADE: 

Rattan



n A T U R A l S

From the ZEN COLLECTION:
ZE2822K



Artisans

AT
W
O
RK
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zp8418mD

cWn8305ib

ephyr
Finish: Muted Bronze

glAss: Frosted

arwyn
Finish: imperial Bronze

shADE: Butterscotch Onyx

INDOOR
OUTDOOR

C A S T

Aluminum

zp8414mD

PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

CWN8305IB 14" H, 5" W, 6" Dp. 5" W x 14" H 7" 1-75W Med. Base or 18W CFL

ZP8414MD 14" H, 7" W, 5.5" Dp. 7" W x 14" H 4.5" 1-50W T4 Mini Can (Supplied) 

ZP8418MD 18" H, 9" W, 7" Dp. 9" W x 18" H  5.5" 1-50W T4 Mini Can (Supplied)
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n A T U R A l S

Arl2818pn

Ag711tVA

hisperingWood
Finish: Valiant Bronze

glAss: Tiffany & Agate Stone

Pendant converts 
to Semi-Flush Mount

riella
Finish: Palladian Bronze

shADE: Capiz Shell

PRODUCT DIMENSIONS CANOPY BULBS GLASS

AG711TVA 25" H, 17" W, 17" Dp. - 2-75W Med. Base or 18W CFL Contains 104 Pieces of Tiffany Glass & Agate Stones

ARL2818PN 7.5" H*, 18" W, 18" Dp. 5.25" D 4-60W Med. Base or 13W CFL -

Rod-hung fixture comes with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.



KD5005MM
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KD1507MM

KD1716MM

KD2816MM
KD2824MM

KD5009MM

KD5015MM

KD8701MM

Finish: Mottled Silver  Shade: Oyster Mica

For larger images and all product specifications, please see 
The Kendra Collection as it is represented in the Collections 
Section on pages 74-77.

endraCOlleCTiOn



IB  Finish: Imperial Bronze Shade: Butterscotch Onyx
IN  Finish: Iron Gate Shade: White Onyx

For larger images and all product specifications, please see 
The Kyle Collection as it is represented in the Collections 
Section on pages 78-83.

yleCOlleCTiOn
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n A T U R A l S

KY2822IB

KY5006IN/IB

KY5009IB/IN

KY540IB/IN

KY8701IN/IB

KY8801IB/IN

KY1507IN/IB KY1508IB/IN

KY1716IB

KY6328IB

KY5016IB

KY433IB

KY5503IB

KY5506IB

KY5103IN/IB

KY1404IB

KY5106IB
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MY5005ML

MY2816ML

MY2824ML

MY5016ML

MY5009ML

MY5103ML

MY430241MLMY430242ML

MY6325ML

MY1506ML

MY8801ML

MY1404ML

MY1613ML MY1618ML

MY1718MLMY1723ML

Finish: Malaga  Shade: Pen Shell Mosaic

For larger images and all product specifications, please see 
The Monterey Mosaic Collection as it is represented in the 
Collections Section on pages 94-99.

ontereymosaicCOlleCTiOn



e s i g n e r

s h o w c a s e

Sergio Orozco

Carolyn Kinder

INTERNATIONAL

e s i g n e r

s h o w c a s e

Q U O I Z E L



carolyn
Kinder

C O L L e C T I O n

Scan with your smart phone or tablet 
to view an informative video relating to 

the Carolyn Kinder Collection by Quoizel!

INTERNATIONAL

or nearly four decades, Carolyn Kinder has been designing

and developing innovative collections for the home 

furnishings industry.  Carolyn has an established reputation

that has become synonymous with class and timeless 

design.  

"This new relationship with Quoizel, a multi-focused major

of the lighting industry, gives us exciting opportunities to 

develop new collections of lighting products, supporting 

accessories and accents that will bridge Quoizel's estab-

lished expertise into an adjacent range of categories," Kinder

said. "Their long term leadership in the lighting industry is a

strong platform for all of us."

Todd Phillips, co-owner of Quoizel, said Kinder's expertise

and understanding of colors, textures and design trends 

create a perfect synergy for Quoizel. "Quoizel's strong 

reputation as Artisans in the Lighting Industry is enriched

and expanded by Carolyn's designs. We share a collabora-

tive commitment to produce quality designs that are dis-

tinctive yet timeless and look forward to a continued

relationship for years to come.”

With roots in the heartland of America, Kinder travels the

globe, discovering and developing sources to deliver rich

textures, layered finishes and unique raw materials. 

Q U O I Z E L
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From the CAROLYN KINDER CONFETTI COLLECTION:
CKCF2822OS   (p. 282)

Photo courtesy of Kenorah Design & Build Ltd.
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cKcF2825os

cKcF2822os

cKcF339os

cKcF6330os

INTERNATIONAL

onfetti

Finish: 

Old Silver

shaDe: 

Inner: Off-White Linen

Outer: Metal Confetti
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D e S I G n e R

cKcF1714os

cKcF1720os

cKcF1508os

cKcF1717os

cKcF2816os

INTERNATIONAL

For � 2015

new! 

For � 2015

new! 

onfetti
PRODUCT DIMENSIONS CANOPY BULBS SHADE DIMS.

CKCF1508OS 9" H*, 8" W, 8" Dp. 5.5" D 1-100W Med. Base or 23W CFL -

CKCF1714OS 11.5" H, 14" W, 14" Dp. 5.5" D 2-100W Med. Base or 23W CFL 13" x 13" x 5.5"

CKCF1717OS 11.5" H, 17" W, 17" Dp. 5.5" D 3-100W Med. Base or 23W CFL 16" x 16" x 5.5"

CKCF1720OS 11.5" H, 20" W, 20" Dp. 5.5" D 4-100W Med. Base or 23W CFL 19" x 19" x 5.5"

CKCF2816OS 10" H*, 16" W, 16" Dp. 5.5" D 3-100W Med. Base or 23W CFL -

CKCF2822OS 10.5" H*, 22" W, 22" Dp. 5.5" D 4-100W Med. Base or 23W CFL -

CKCF2825OS 10" H*, 25" W, 25" Dp. 5.5" D 5-100W Med. Base or 23W CFL 24" x 24" x 9.5"

CKCF339OS 9" H**, 39.5" W, 8" Dp. 34.5" L x 4.5" W x 0.75" H 3-100W Med. Base or 23W CFL -

CKCF6330OS 29.5" H, 8" W, 14" Dp. - 2-75W Med. Base or 18W CFL Fabric Inner Shade: (7"x13") x (7"x13") x 8.50"
Metal Outer Shade: (8"x14") x (8"x14") x 9"

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. 
**Comes with (6) 6" and (2) 12" Rods.
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cKMo2820Bn

cKMo5003Bn

INTERNATIONAL

cKMo1716Bn

etro

inner Opal
etched Glass

Finish: 

Brushed nickel

shaDe: 

Khaki Linen with Silver Liner

etro
PRODUCT DIMENSIONS CANOPY BULBS SHADE DIMS. GLASS

CKMO1716BN 11" H, 15.5" W, 15.5" Dp. 6" D 2-60W Med. Base or 13W CFL 15.5" x 6" -

CKMO2820BN 8" H*, 20" W, 20" Dp. 6" D 3-100W Med. Base or 23W CFL 20" x 7" -

CKMO5003BN 33" H, 33.5" W, 33.5" Dp. 6" D 3-100W Med. Base or 23W CFL Outer: 10" x 6.5" Opal Etched

Chain-hung fixture comes with 8' of wire and 4' of chain. Rod-hung fixture comes with 8’ of wire. *Comes with 2 (6)” and (2) 12” Rods.



From the CAROLYN KINDER 
METRO COLLECTION:

CKMO5003BN 

D e S I G n e R

 

            

            

              

                         



From the CAROLYN KINDER MARISOL COLLECTION:
CKMS442TM
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D e S I G n e R

INTERNATIONAL

cKMs1716tM

cKMs2822tM

cKMs442tM

arisol

For � 2015

new! 

arisol
PRODUCT DIMENSIONS CANOPY BULBS SHADE DIMS.

CKMS1716TM 12" H, 16" W, 16" Dp. 6" D x 0.75" H 3-100W Med. Base or 23W CFL 14.5" x 6.5"

CKMS2822TM 30" H, 22" W, 22" Dp. 6" D 4-100W Med. Base or 23W CFL 19" x 8"

CKMS442TM 32.5" H, 42" W, 11" Dp. 9.75" L x 5" W 5-100W Med. Base or 23W CFL 39.5" x 8" x 8.5"

All chain-hung fixtures come with 8' of wire and 4' of chain.

Finish: 

Teco Marrone

shaDe: 

Inner: Beige Hardback Linen

Outer: Beige Open Strap Metal



VINTAGE STYLE
bulb included
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ikos
Finish: Burnished Silver

onia
Finish: Artica

aston
Finish: Mottled Bronze

ltra
Beveled Mirror

cKut1921

cKnK1509Bv

cKsn1507ar

cKgn1509Mz

INTERNATIONAL

mirrored
Mercury
glass

For � 2015

new! 

Mirrored
frame

 PRODUCT DIMENSIONS CANOPY BULBS

CKGN1509MZ 10.5" H, 9" W, 9" Dp. 5.5" D  1-100W Med. Base or 23W CFL

CKNK1509BV 14" H, 9" W, 9" Dp. 5.5" D  1-60W Vintage Bulb (Supplied)

CKSN1507AR 10.5" H, 7.5" W, 7.5" Dp. 5.5" D  1-100W Med. Base or 23W CFL

CKUT1921 36" H, 24" W, 2" Dp. - -

Cord-hung fixtures come with 8' of cord. *Max Wattage: 100W or 23W CFL.     



Scan with your smart phone or tablet to view 
an informative video relating to the Uptown 
Collection by Sergio Orozco for Quoizel!

From the UPTOWN THEATRE ROW COLLECTION
UPTR5007IS

Photo Courtesy of Homes by Tradition

new York City is the epicenter of

American fashion. The Uptown Col-

lection by Sergio Orozco for Quoizel

captures the eclectic fashion pulse wit-

nessed on the streets of this energetic

city and reinterprets it for homeown-

ers who appreciate designs that are

fresh, cutting edge and yet comfort-

ably liveable.

Born and raised in Columbia and edu-

cated in europe, Sergio Orozco has 

received numerous awards for his

lighting designs. now this Manhattan-

based designer  brings his global 

perspective to Quoizel’s Uptown 

Collection, a unique design that can

enhance an eclectic mix of home

styles anywhere in the country.

Q U O I Z E L

D e S I G n e R
uptown

C O L L e C T I O n
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uptr8701is

uptr1716wt

uptr5007wt

heaterrow

VINTAGE STYLE
bulb included

Finish: 

is Imperial Silver  

wt Western Bronze

heaterrow
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

UPTR1716IS/WT 6.5" H, 17.5" W, 17.5" Dp. 6" D - 4-60W Vintage Bulb (Supplied)

UPTR5007IS/WT 29" H*, 28" W, 28" Dp. 6.5" D - 6-60W Vintage Bulb + 1-50W MR-16 with GU10 Base Shielded (Supplied) 

UPTR8701IS/WT 10" H, 10" W, 4" Dp. 5.5" Sq. 6.5" 1-60W Vintage Bulb (Supplied)

Rod-hung fixture comes with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 60W Med Base or 13W CFL
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upps1713Bn

upps1510wt

upps2813Bn

VINTAGE STYLE
bulb included

ennstation

VINTAGE STYLE
bulb included

Finish: 

Bn Brushed nickel  wt Western Bronze

gLass: 

Clear

         

                 

         

                     

ennstation
PRODUCT DIMENSIONS CANOPY BULBS

UPPS1510BN/WT 17" H*, 10" W, 10" Dp. 6.5" D 1-60W Vintage Bulb (Supplied)**

UPPS1713BN/WT 10.5" H, 13" W, 13" Dp. 6.5" D 1-60W Vintage Bulb (Supplied)**

UPPS2813BN/WT 23.5" H*, 13" W, 13" Dp. 6.5" D 3-40W T8 Vintage Bulb (Supplied) †

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 100W Med. Base or 23W CFL. †Max Wattage: 60W Cand. Base.



From the UPTOWN CARNEGIE COLLECTION:
UPCN5006WT
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upcn5008wt

NEW!

upcn5006is

arnegie

For � 2015

new! 

VINTAGE STYLE
bulb included

arnegie
PRODUCT DIMENSIONS CANOPY BULBS

UPCN5006IS/WT 22.5" H*, 25.5" W, 25.5" Dp. 6.5" D x 1" H 6-60W Vintage Bulb (Supplied)**

UPCN5008IS/WT 30" H*, 34" W, 34" Dp. 6.5" D 8-60W Vintage Bulb (Supplied)**

Rod-hung fixtures come with 8’ of wire. *Comes with 2 (6)” and (2) 12” Rods. **Max Wattage: 100W Med. Base or 23W CFL

Finish: 

is Imperial Silver  

wt Western Bronze



294 Q U O I Z E L . C O M

upws1722Bn

allstreet
Finish: Brushed nickel

gLass: etched Painted White Inside

ribeca
Finish: Imperial Silver

gLass: etched Painted White Inside

ulton
Finish: Imperial Silver

gLass: Opal etched

uptB1718is
upFt1820is

 PRODUCT DIMENSIONS CANOPY BULBS

UPFT1820IS 10.5" H*, 20" W, 20" Dp. 6" D 3-100W Med. Base or 23W CFL

UPTB1718IS 12" H, 18" W, 18" Dp. 5.75" D 3-100W Med. Base or 23W CFL

UPWS1722BN 11" H, 22" W, 22" Dp. 6" D 4-100W Med. Base or 23W CFL

Rod-hung fixture comes with 8' of wire. *Comes with (4) 6" and (4) 12" Rods.
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uprz53426c

upta8602c

upta8603c

upta8604c

itz
Finish: Polished Chrome

gLass: Beveled

hirdavenue
Finish: Polished Chrome

gLass: Opal etched

Enlarged for detail

uprz43426c

PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

UPTA8602C 5.5" H, 16" W, 4.5" Dp. 8" W x 5" H 3" 2-60W Frosted G9 Halogen (Supplied)

UPTA8603C 5.5" H, 24" W, 4.5" Dp. 8" W x 5" H 3" 3-60W Frosted G9 Halogen (Supplied)

UPTA8604C 5.5" H, 33" W, 4.5" Dp. 8" W x 5" H 3" 4-60W Frosted G9 Halogen (Supplied)

UPRZ43426C 34" H, 26" W, 2" Dp. - - -

UPRZ53426C 34" H, 26" W, 2" Dp. - - -

For prolonged life of the bulb, all G9 compatible bath fixtures should only be mounted facing up.
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upMM5005is

upMM8701is

adisonManor
Finish: is Imperial Silver  wt Western Bronze

shaDe: is White Linen  wt Light Beige Fabric

uttonplace
Finish: Imperial Silver

shaDe: Milano Fabric

upsp8701is

upsp5006is

 PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS SHADE DIMS.

UPMM5005IS/WT 25.5" H*, 29" W, 29" Dp. 6.5" D - 5-75W Frosted G9 Halogen (Supplied) 7.5" x 8.5" x 4"

UPMM8701IS/WT 20" H, 8.5" W, 9" Dp. 6.5" D 10.5" 1-75W Frosted G9 Halogen (Supplied) 7.5" x 8.5" x 4"

UPSP5006IS 30.5" H, 31" W, 31" Dp. 6.5" D - 6-75W Med. Base or 18W CFL 6" x 6.5" x 5"

UPSP8701IS 18.5" H, 6.5" W, 7.5" Dp. 5" W x 8" H 10.5" 1-75W Med. Base or 18W CFL 6" x 6.5" x 5"

Chain-hung fixture comes with 8' of wire and 4' of chain. Rod-hung fixture comes with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.



From the UPTOWN MADISON MANOR COLLECTION
Hanging Fixture: UPMM5005WT  Wall Fixture: UPMM8701WT  

D e S I G n e R
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upcc5006is

upep5005ws

eaport
Finish: Western Bronze

upse8701wt

Enlarged for detail

mpire
Finish: Weathered Brass

shaDe: Off-White Linen

VINTAGE STYLE
bulb included

upse1505wt

olumbuscircle
Finish: Imperial Silver

gLass: Opal etched

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS SHADE DIMS.

UPCC5006IS 26" H*, 28" W, 28" Dp. 6.5" D - 6-75W Frosted G9 Halogen (Supplied) -

UPEP5005WS 22" H*, 28" W, 28" Dp. 6.5" D - 5-60W Cand. Base 4.5" x 5" x 5"

UPSE1505WT 21" H*, 4.5" W, 4.5" Dp. 6.5" D - 1-40W T8 Vintage Bulb (Supplied)** -

UPSE8701WT 15" H, 4.5" W, 5" Dp. 6.5" D 7" 1-40W Vintage Bulb (Supplied)** -

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 60W Cand. Base
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upev5005wt

upev8701wt

astvillage
Finish: Western Bronze

gLass: Clear

pollo

VINTAGE STYLE
bulb included

Finish: 

Weathered Brass

VINTAGE STYLE
bulb included

upap2822ws

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

UPAP2822WS 32" H*, 22" W, 22" Dp. 6.5" D - 5-40W T8 Vintage Bulb (Supplied)†

UPEV5005WT 20" H*, 26" W, 26" Dp. 6.5" D - 5-60W Vintage Bulb (Supplied)**

UPEV8701WT 11" H, 6.5" W, 5" Dp. 6.5"  8" 1-60W Vintage Bulb (Supplied)**

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 60W Med. Base or 13W CFL. †Max Wattage: 60W Cand. Base

 

          

            

          

         

                   



uphL8701is
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upwB5005is

olita

helsea
Finish: Western Bronze

shaDe: Clear Seedy

illiamsburg
Finish: Imperial Silver

For � 2015

new! 

VINTAGE STYLE
bulb included

Finish: Imperial Silver

shaDe: Light Beige Fabric

upce5201wt

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS SHADE DIMS.

UPCE5201WT 42.5" H, 14" W, 14" Dp. 6.5" D - 1-60W Vintage Bulb (Supplied)** -

UPHL8701IS 47.5" H, 12" W, 6" Dp. 5" W x 8" H 14" 1-60W Med. Base or 13W CFL 12.5" x 5.5" x 8"

UPWB5005IS 23.5" H*, 28" W, 28" Dp. 6.5" D - 5-60W Cand. Base -

Chain-hung fixture comes with 12' of wire and 8' of chain. Rod-hung fixture comes with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.
**Max Wattage: 100W Med. Base or 23W CFL



From the CATHERINE COLLECTION:
CTN2822VG (p.302)

Q U O I Z E L
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Pendant converts 
to Semi-Flush Mount

ctn2817iB

Pendant converts 
to Semi-Flush Mount

Pendant converts 
to Semi-Flush Mount

osslyn
Finish: Brushed Nickel

        shADE: White Silk Fabric
js1820Bn

dangling
Crystal
Beads

For � 2015

nEW! 
Many of the pendants and mini-pendants in our product line 
have been designed to CONVERT to semi-flush mounts for your 
convenience. Please see visual indications next to product.

ctn2822VG

atherine
Finish: iB Imperial Bronze

VG Vintage Gold

        shADE: Laser-Cut Metal

                                                   PRODUCT                    DIMENSIONS                                                CANOPY                        BULBS                                                       SHADE DIMS.

                                                   CTN2817IB/VG            9.5" H*, 17" W, 17" Dp.                                      5" D                            5-100W Med. Base or 23W CFL                           -

                                                   CTN2822IB/VG            9" H*, 22" W, 22" Dp.                                         5" D                            6-100W Med. Base or 23W CFL                           -

                                                   JS1820BN                    13" H*, 20" W, 20" Dp.                              5.25" D x 1.5" H                   3-100W Med. Base or 23W CFL                 16" x 16" x 8"

                                                   Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.
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P E N D A N T S

crA2826mc

Pendant converts 
to Semi-Flush Mount

Pendant converts 
to Semi-Flush Mount

Pendant converts 
to Semi-Flush Mount

ongBeach
Finish: Western Bronze

loverdale
Finish: Mottled Cocoa

shADE: Khaki Fabric

lBh2820Wt

crA2822mc

                                          PRODUCT                        DIMENSIONS                                            CANOPY                           BULBS                                                         SHADE DIMS.

                                          CRA2822MC                    12" H*, 22" W, 22" Dp.                                 5.5" D                             4-100W Med. Base or 23W CFL                     22" x 10.5"

                                          CRA2826MC                    9.5" H*, 26" W, 26" Dp.                                6.5" D                             4-100W Med. Base or 23W CFL                       26" x 8"

                                          LBH2820WT                     10.5" H*, 20" W, 20" Dp.                            6" D x 1"                          3-60W Vintage Bulb (Supplied)**                         -

                                          Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 100W Med Base or 23W CFL.

                                                   P                                                                                                                                                  S  

                                                   C                                                                                                                  

                                                   C                                                                                                                     

                                                   J                                                                                                 1     

                                                   R               



From the PORTLAND COLLECTION:
PTD2826WT

Photo courtesy of LDK Homes
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P E N D A N T S

Pendant converts to
Semi-Flush Mount

Pendant converts to
Semi-Flush Mount

ortland
Finish: Bn Brushed Nickel

     Wt Western Bronze

shADE: Bn Clear Organza with Light Grey Trim

        Wt Light Amber Organza with Bronze Trim

ptD2820Wt

ptD2826Bn

rownlattice
Finish: Copper Canyon

     shADE: Outer: Metal with Studded Brass Accents

        Inner: Tan Fabric Hardback

BWl2816cc

BWl2822cc Studded faux
brass

accents

PRODUCT DIMENSIONS CANOPY BULBS SHADE DIMS.

BWL2816CC 10" H*, 16" W, 16" Dp. 5.5" D 3-100W Med. Base or 23W CFL Outer: 16" x 10", Inner: 15" x 9.5"

BWL2822CC 10" H*, 22" W, 22" Dp. 5.5" D 4-100W Med. Base or 23W CFL Outer: 22" x 10", Inner: 21" x 9.5"

PTD2820BN/WT 16.5" H*, 20" W, 20" Dp. 5" D 4-60W Cand. Base 20" x 6"

PTD2826BN/WT 24" H*, 28" W, 28" Dp. 5" D 8-60W Cand. Base 28" x 8"

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.



ailway
Finish: Imperial Bronze
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rly1815iB
Pendant converts 

to Semi-Flush Mount

cp2820iB

Pendant converts 
to Semi-Flush Mount

BnD1818BA

ound
Finish: Royal Ebony

apri
Finish: Imperial Bronze

shADE: Linen with Brown Trim

VINTAGE STYLE
bulb included

For � 2015

nEW! 

For � 2015

nEW! 

For � 2015

nEW! 

                                                   PRODUCT                    DIMENSIONS                                              CANOPY                             BULBS                                                          SHADE DIMS.

                                                   BND1818BA                 7.5" H*, 18" W, 18" Dp.                          5.5" D x 0.75" H                        4-40W T8 Vintage Bulbs (Supplied)**                    -

                                                   CP2820IB                     14.5" H*, 20" W, 20" Dp.                                 5" D                                 4-60W Cand. Base                                         16" x 16" x 7"

                                                   RLY1815IB                   11" H*, 15.5" W, 15.5" Dp.                       6" D x 0.75" H                         1-100W Med. Base or 23W CFL                              -

                                                   Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 60W Cand. Base  .
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P E N D A N T S

cDy2814Bn

qF1781Bn

ody
Finish: Brushed Nickel

irage
Finish: Vintage Gold

lden
Finish: Bn Brushed Nickel

     Wt Western Bronze

GlAss: Clear

qF1781Wt

mir2818VG

For � 2015

nEW! 

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS

                                          CDY2814BN                 10.5" H*, 14.5" W, 14.5" Dp.                              5" D                                 2-100W Med. Base or 23W CFL                           

                                          MIR2818VG                 21.5" H, 18.5" W, 18.5" Dp.                        6" D x 0.75" H                          4-60W Cand. Base                                               

                                          QF1781BN/WT             28" H, 17.5" W, 17.5" Dp.                                   5" D                                 3-60W Cand. Base                                               

                                          Chain-hung fixtures come with 8' of wire and 4' of chain. 
                                          Rod-hung fixture comes with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

                                                   P                                                                                                                                                       S  

                                                   B                                                                                                  

                                                   C                                                                                                                                          

                                                   R                                                                                                            

                                                   R                      
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endants Please see referenced page numbers for larger
images and full descriptions of these products.

Adonis
ADs2818Dc

See page 42

Aliza
Alz2823pn

See page 45

Ambrose
AmB2822VG

See page 49

Downtown
DW1824c

See page 56

Downtown
DW2817c

See page 56

Duchess
Dh2820An/pn

See page 60

Emery
Er1814Bn/is/pn/Ws

See page 71

jolene
jlE2812is

See page 73

Kendra
KD2816mm

See page 77

jolene
jlE2809is

See page 73

Dury
rDy2821cs/pn

See page 65

Dury
rDy2823cs/pn

See page 65
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Kendra
KD2824mm

See page 77

Kyle
Ky2822iB

See page 82

monterey
mosaic

my2816ml

See page 98

monterey
mosaic

my2824ml

See page 98

riverside
rVE2820pA

See page 103

trilogy
trG1816oz

See page 115

Alexandria
Ax2820pn

See page 124

Alexandria
Ax2826pn

See page 124

Eastvale
EVE2815pn

See page 130

Grant
Grt2814Bn/is/pn/Ws

See page 134

milbank
mBK2820VG

See page 137

palmer
plr2820pn

See page 138

P E N D A N T S



From the LAGUNA COLLECTION:
MC8420CRC
Photo Courtesy of Devane Designs
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P E N D A N T S

PLATINUM COLLECTION

superior
pcsp2823c

See page 151

PLATINUM COLLECTION

Bordeaux
Brx2818c

See page 146

PLATINUM COLLECTION

Aura
pcAr2818c

See page 147

PLATINUM COLLECTION

Galaxy
pcGx1817c

See page 149

PLATINUM COLLECTION

janelle
pcjl2820c

See page 150

PLATINUM COLLECTION

taper
pctr1816c

See page 151

PLATINUM COLLECTION

ribbons
rBn2817c/crc/mn/sG/W/Wt

See page 152

endants Please see referenced page numbers for larger
images and full descriptions of these products.

PLATINUM COLLECTION

Valla
VlA2820c

See page 149

PLATINUM COLLECTION

ribbons
rBn2823c/crc/mn/sG/W/Wt

See page 152

PLATINUM COLLECTION

ribbons
rBn2831c/crc/mn/sG/W/Wt

See page 152

PLATINUM COLLECTION

Galaxy
pcGx1826c

See page 149

Wilder
Wlr2820mB

See page 142

311
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endants Please see referenced page numbers for larger
images and full descriptions of these products.

laguna
mc8420crc

See page 260

laguna
mc842crc

See page 260

cyrus
mccs2820As

See page 264

Kingsford
mcKD2819tm

See page 265

ruckman
mc1706cpn

See page 271

morrow
mc1910mm

See page 265

pomez
tF2819VB

See page 269

PLATINUM COLLECTION

Abode
pcAE2820c

See page 156

Bandelier
BDr2820iB

See page 267

ruckman
mcrm2816pn

See page 271

PLATINUM COLLECTION

cascade
pccs2816c/c1

See page 156

PLATINUM COLLECTION

cascade
pccs2824c1/c

See page 156



P E N D A N T S

From the BANDELIER COLLECTION: BDR2820IB 
(p. 267)
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endants Please see referenced page numbers for larger
images and full descriptions of these products.

Ariella
Arl2818pn

See page 275

CAROLYN KINDER

confetti
cKcF2816os

See page 283

CAROLYN KINDER

confetti
cKcF2822os

See page 282

CAROLYN KINDER

confetti
cKcF2825os

See page 282

CAROLYN KINDER

metro
cKmo2820Bn

See page 284

CAROLYN KINDER

marisol
cKms2822tm

See page 287

UPTOWN COLLECTION

penn station
upps2813Bn/Wt

See page 291

UPTOWN COLLECTION

Apollo
upAp2822Ws

See page 299

UPTOWN COLLECTION

Fulton
upFt1820is

See page 294

Please see the Quoizel Tiffany
Collection on page 197 for
many attractive art glass
pendant lighting solutions.

zen
zE2822K

See page 272

zen
zE2816K

See page 272



Q U O I Z E L

From the TRILOGY COLLECTION:
TRG1508OZ (p.114)

Photo courtesy of LDK Homes
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KDn1510Bn

atherine
Finish:  iB Imperial Bronze

                  VG Vintage Gold

rownlattice
Finish: Copper Canyon

shADE:  Outer: Metal with

                          Brass Studded Accents

                          Inner: Tan Fabric Hardback

erndale
Finish: Western Bronze

GlAss:  Outer: Clear Seedy

                          Inner: Tiffany Glass

ayden
Finish: Brushed Nickel

GlAss: Clear Seedy

ctn1506iB

BWl1508cc

FE1506Wt

                                                   PRODUCT                     DIMENSIONS                                              CANOPY                          BULBS                                                     SHADE DIMS.

                                                   BWL1508CC                 9" H*, 8" W, 8" Dp.                                         5.5" D                            1-100W Med. Base or 23W CFL               Outer: 8" x 9", Inner: 7.5" x 8.75"

                                                   CTN1506IB/VG             9" H*, 6" W, 6" Dp.                                           5" D                              1-100W Med. Base or 23W CFL               -

                                                   FE1506WT                    12.5" H*, 6" W, 6" Dp.                                      6" D                              1-100W Med. Base or 23W CFL               -

                                                   KDN1510BN                 10.5" H*, 10" W, 10" Dp.                                  5" D                              1-60W Cand. Base                                   3-                                                                                 

                                                   Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.



ody
Finish: Brushed Nickel
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MINI PENDANTS

cDy1508Bn

Dy1533Es

iE1508Bn

elray
Finish: Empire Silver

GlAss: Faux Etched Alabaster

bsen
Finish: Brushed Nickel

GlAss: Opal Etched

                                          PRODUCT                   DIMENSIONS                                                 CANOPY                          BULBS

                                          CDY1508BN                9" H*, 8" W, 8" Dp.                                             5" D                             1-100W Med. Base or 23W CFL                              

                                          DY1533ES                  9.5" H*, 8" W, 8" Dp.                                        5.25" D                           1-100W Med. Base or 23W CFL

                                          IE1508BN                   6" H*, 8" W, 8" Dp.                                             6" D                             1-100W Med. Base or 23W CFL

                                          Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

                                                   P                                                                                                                                                   

                                                   B                                                                                                                    

                                                   C                                                                                                             

                                                   F                                                                                                              

                                                   K                                                                                                                                                                                                           

                                                   R               
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mDn1508Ws

mDn1510Wt

318

mDn1505An
mDn1509An

VINTAGE STYLE
bulb included

anderson
Finish: An Antique Nickel

     Ws Weathered Brass

        Wt Western Bronze

     GlAss: Clear

                                                   PRODUCT                            DIMENSIONS                                        CANOPY                        BULBS                                                            

                                                   MDN1505AN/WS/WT          13" H*, 5.5" W, 5.5" Dp.                         5.625" D                         1-60W Vintage Bulb (Supplied)**                  

                                                   MDN1508AN/WS/WT          11.5" H*, 8" W, 8" Dp.                            5.625" D                         1-60W Vintage Bulb (Supplied)**                  

                                                   MDN1509AN/WS/WT          8" H*, 9" W, 9" Dp.                                   5.5" D                           1-60W Vintage Bulb (Supplied)**                  

                                                   MDN1510AN/WS/WT          8" H*, 10" W, 10" Dp.                             5.625" D                         1-60W Vintage Bulb (Supplied)**

                                                   Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 100W Med. Base or 23W CFL.
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MINI PENDANTS

rly1512iB

ercer
Finish: Polished Chrome

GlAss: Mercury

ailway
Finish: Imperial Bronze

     shADE: Metal

arine
Finish: Western Bronze

mrE1506Wt

qpp1405c

VINTAGE STYLE
bulb included

Mini-Pendant converts 
to Semi-Flush Mount

For � 2015

nEW! 

INDOOR
OUTDOOR

C A S T
Aluminum

                                          PRODUCT                    DIMENSIONS                                                CANOPY                        BULBS                                                                       

                                          MRE1506WT               12" H*, 6" W, 6" Dp.                                           6" D                            1-60W Vintage Bulb (Supplied)**                             

                                          QPP1405C                   9" H*, 7.5" W, 7.5" Dp.                                       5" D                            1-100W Med. Base or 23W CFL

                                          RLY1512IB                  8.5" H*, 12" W, 12" Dp.                              6" D x 0.75" H                    1-100W Med. Base or 23W CFL

                                          Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods. **Max Wattage: 100W Med. Base or 23W CFL.
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qpp1401Wt

idley
Finish: Western Bronze

GlAss: Clear

teadman
Finish: Imperial Bronze

GlAss: Clear Seedy

eaton
Finish: Polished Chrome

GlAss: Clear Ribbed

sDn1506iB

qpp1198c

VINTAGE STYLE
bulb included

INDOOR
OUTDOOR

                                                  PRODUCT                    DIMENSIONS                                       CANOPY/BACKPLATE                BULBS                                                          

                                                  QPP1198C                   12.5" H*, 13.5" W, 13.5" Dp.                              5" D                              1-100W Med. Base or 23W CFL                    

                                                  QPP1401WT                11" H*, 11.5" W, 11.5" Dp.                                 6" D                              1-60W Vintage Bulb (Supplied)**                 

                                                  SDN1506IB                  12" H*, 5.5" W, 5.5" Dp.                                     6" D                              1-60W Vintage Bulb (Supplied)**                 

                                                  Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.**Max Wattage: 100W Med. Base or 23W CFL.



MINI PENDANTS

From the STEADMAN COLLECTION:
SDN1506IB

Photo courtesy of Webster Interiors 
Home Furnishings
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ini Pendants Please see referenced page numbers for larger
images and full descriptions of these products.

Adonis
ADs1504Dc

See page 40

Aliza
Alz1507pn

See page 45

Duchess
Dh1506An/pn

See page 62

Downtown
DW1506c

See page 56

Dury
rDy1506cs

See page 65

Emery
Er1508Bn/is/pn/Ws

See page 71

Kendra
KD1507mm

See page 77

Kyle
Ky1507iB/in

See page 83

Kyle
Ky1508iB/in

See page 83

la parra
lp1505iB

See page 86

laila
llA1508rA

See page 89

monterey
mosaic

my1506ml

See page 95
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MINI PENDANTS

new 
England

nA1510Bn

See page 101

new 
England

nA1514Bn

See page 101

riverside
rVE1508pA

See page 103

sophia
sph1508pn/Bn

See page 106

taylor
ty1504An

See page 110

trilogy
trG1508oz

See page 114

Eastvale
EVE1508pn

See page 130

Genova
GE1507sE

See page 125

Grant
Grt1508Bn/is/pn/Ws

See page 134

union 
station

ust1505Wt

See page 123

Wilder
Wlr1506mB

See page 143

PLATINUM COLLECTION

taper
pctr1502c

See page 151

323
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Please see the Quoizel Tiffany Collection
on page 197 for many attractive art glass

mini pendant lighting solutions.

ini Pendants Please see referenced page numbers for larger
images and full descriptions of these products.

laguna
mc842prc

See page 261

Kingsford
mcKD1505tm

See page 265

ruckman
mcrm1507pn

See page 271

pomez
tF1507VB

See page 269

CAROLYN KINDER

confetti
cKcF1508os

See page 283

CAROLYN KINDER

nikos
cKnK1509BV

See page 288

CAROLYN KINDER

Gaston
cKGn1509mz

See page 288

CAROLYN KINDER

sonia
cKsn1507Ar

See page 288

UPTOWN COLLECTION

seaport
upsE1505Wt

See page 298

UPTOWN COLLECTION

penn station
upps1510Bn/Wt

See page 291

PLATINUM COLLECTION

ribbons
rBn1512c/crc/mn/sG/W/Wt

See page 152



From the DELUXE COLLECTION:
DX1718C   (p. 332)
Photo Courtesy of Studio M. Interiors

Q U O I Z E L

&
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riffin
fiNiSh: AN Antique Nickel    C Polished Chrome

PN Palladian Bronze    WS Weathered Brass

GLASS: Etched Painted White Inside

Gf1721PN

Enlarged for detail

NEW!

Gf1721WS

Gf1717C

Gf1717AN

Matching Griffin flush mounts available
See page 341

for � 2015

NEW! 

                                                   PRODUCT                              DIMENSIONS                                      CANOPY                             BULBS

                                                   GF1717AN/C/PN/WS              12" H, 17" W, 17" Dp.                            5.75" D                               3-100W Med. Base or 23W CFL                 

                                                   GF1721AN/C/PN/WS              14" H, 21" W, 21" Dp.                            5.75" D                               4-100W Med. Base or 23W CFL
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S E M I - F L U S H

shland
fiNiSh: Western Bronze

GLASS: Etched Painted White Inside

zark
fiNiSh: iN Iron Gate    PN Palladian Bronze

GLASS: Etched Painted White Inside

oZ1713iN

Qf1202SWT

Qf1201SWT

Matching Ozark flush mounts available
See page 346

oZ1716PN

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS

                                          OZ1713IN/PN              9.5" H, 13" W, 13" Dp.                                        5" D                                 2-100W Med. Base or 23W CFL

                                          OZ1716IN/PN              12" H, 16.5" W, 16.5" Dp.                                   5" D                                 3-100W Med. Base or 23W CFL

                                          QF1201SWT                12" H, 25" W, 25" Dp.                                         6" D                                 4-100W Med. Base or 23W CFL

                                          QF1202SWT                11" H, 20" W, 20" Dp.                                         6" D                                 3-100W Med. Base or 23W CFL                           
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elcourt
fiNiSh: BN Brushed Nickel    WT Western Bronze

GLASS: Etched Painted White Inside

hantilly
fiNiSh: Palladian Bronze

GLASS: Etched Painted White Inside

Qf1834BN

Qf1835WT

CY1722PN

                                                   PRODUCT                    DIMENSIONS                                                CANOPY                              BULBS

                                                   CY1722PN                   14" H, 22" W, 22" Dp.                                      6.25" D                               4-100W Med. Base or 23W CFL                 

                                                   QF1834BN/WT             11" H, 18" W, 18" Dp.                                         5" D                                  3-100W Med. Base or 23W CFL

                                                   QF1835BN/WT             12" H, 22" W, 22" Dp.                                         5" D                                  4-100W Med. Base or 23W CFL
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S E M I - F L U S H

ody
fiNiSh: Brushed Nickel

arren
fiNiSh: Brushed Nickel

GLASS: Opal Etched

lectra
fiNiSh: Brushed Chrome

GLASS: Opal Etched

EL1285CB

CDY1714BN

Qf1678BN

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS

                                          CDY1714BN                 12" H, 14.5" W, 14.5" Dp.                                   5" D                                 2-100W Med. Base or 23W CFL

                                          EL1285CB                    10" H, 16" W, 16" Dp.                                         8" D                                 1-300W T3 RSC (Supplied)                                 

                                          QF1678BN                   10" H, 13.5" W, 13.5" Dp.                                 6.5" D                               1-100W Med. Base or 23W CFL

                                                   P                                                                                                  

                                                   C                                                                                                                  

                                                   Q                                                                                                

                                                   Q                                                                                                
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irage
fiNiSh: Vintage Gold

ova
fiNiSh: Polished Chrome

GLASS: White Screen Printed

Mir1715VG

Mir1718VG

Qf1842C

for � 2015

NEW! 

PRODUCT DIMENSIONS CANOPY BULBS

MIR1715VG 11.5" H, 15" W, 15" Dp. 6" D 3-100W Med. Base or 23W CFL

MIR1718VG 11.5" H, 18.5" W, 18.5" Dp. 6" D 4-100W Med. Base or 23W CFL

QF1842C 8" H, 18" W, 18" Dp. 4.75" D x 1" H 3-60W Cand. Base



rontier
fiNiSh: Imperial Bronze

331Q U O I Z E L . C O M

S E M I - F L U S H

rownLattice
fiNiSh: Copper Canyon

     ShADE: Outer: Metal Shade with
         Studded Brass Accents

     Inner: Tan Fabric Hardback

        

BWL1717CC

fTr1713iB

osslyn
fiNiSh: Brushed Nickel

ShADE: White Silk Fabric

Matching Josslyn flush mount available
See page 345

JS1715BN

for � 2015

NEW! 

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                      SHADE DIMS.

                                          BWL1717CC                11" H, 17" W, 17" Dp.                                       5.5" D                                3-100W Med. Base or 23W CFL               Inner: 15.5" x 5.5", Outer: 17" x 6"

                                          FTR1713IB                  13" H, 13" W, 13" Dp.                                  5" D x .75" H                           3-60W Cand. Base                                    -

                                          JS1715BN                   13" H, 15" W, 15" Dp.                                  6" D x .75" H                           2-100W Med. Base or 23W CFL               12" x 12" x 7.5"

          

          

           

BRASS
ACCENTS
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averly
fiNiSh: Brushed Nickel

ShADE: White Linen Fabric

eluxe
fiNiSh: Polished Chrome

ShADE: Cream Linen Hardback

loverdale
fiNiSh: Mottled Cocoa

ShADE: Fabric Shade with Frosted Liner

DX1718C

WV1716BN

CrA1717MC

                                                   PRODUCT                    DIMENSIONS                                                CANOPY                            BULBS                                                         SHADE DIMS.

                                                   CRA1717MC                12.5" H, 17" W, 17" Dp.                                    6.5" D                              3-100W Med. Base or 23W CFL                  17" x 5.5"

                                                   DX1718C                      16.5" H, 18" W, 18" Dp.                                     8" D                                3-60W Med. Base or 13W CFL                    15.5" x 17.5" x 7"

                                                   WV1716BN                  11.5" H, 16" W, 16" Dp.                                     6" D                                3-100W Med. Base or 23W CFL                  14" x 16" x 4"

CRYSTAL
FINIAL
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S E M I - F L U S H

orwood
fiNiSh:  BN Brushed Nickel   

                        ho Harbor Bronze

GLASS: Opal Etched

elestial
fiNiSh: Brushed Nickel

GLASS: Opal Etched

Qf1213Sho

Qf1213SBN

CLT1714BN

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                                 

                                          CLT1714BN                  15" H, 14" W, 14" Dp.                                         5" D                                 4-100W Med. Base or 23W CFL                           

                                          QF1213SBN/SHO         11" H, 19" W, 19" Dp.                                       6" Sq.                                4-100W Med. Base or 23W CFL

                                                   P                                                                                                                                                          

                                                   C                                                                                                                

                                                   D                                                                                                                            

                                                   W                                                                                                                       
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ailor
fiNiSh:  AN Antique Nickel

                        WT Western Bronze

GLASS: Etched

aitlyn
fiNiSh: Grey Ash

GLASS: Amber Seedy

SLr1716WT

SLr1720AN

CTL1722Gk

                                          PRODUCT                       DIMENSIONS                                             CANOPY                             BULBS

                                          CTL1722GK                    13.5" H, 21.5" W, 22" Dp.                               6" D                                 4-100W Med. Base or 23W CFL                           

                                          SLR1716AN/WT             9.5" H, 16" W, 16" Dp.                                    5" D                                 4-100W Med. Base or 23W CFL                           

                                          SLR1720AN/WT             9.5" H, 20" W, 20" Dp.                                    6" D                                 5-100W Med. Base or 23W CFL                           
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S E M I - F L U S H

astle
fiNiSh: Brushed Nickel

GLASS: Etched Painted White Inside

Qf1830BN

Qf1831BN

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS                                                                 

                                          QF1830BN                   10" H, 20.5" W, 20.5" Dp.                                   6" D                                 5-100W Med. Base or 23W CFL                           

                                          QF1831BN                   10" H, 17" W, 17" Dp.                                         6" D                                 4-100W Med. Base or 23W CFL
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emi-Flush Mounts Please see referenced page numbers for larger
images and full descriptions of these products.

Adonis
ADS1715DC

See page 42

Aliza
ALZ1718PN

See page 45

Downtown
DW1717C

See page 56

Duchess
Dh1718AN/PN

See page 62

Duchess
Dh1722AN/PN

See page 62

Dury
rDY1714CS/PN

See page 65

Jolene
JLE1709iS

See page 73

kendra
kD1716MM

See page 77

kyle
kY1716iB

See page 82

Monterey 
Mosaic

MY1718ML

See page 98

Monterey 
Mosaic

MY1723ML

See page 98

New England
NA1716BN

See page 101
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S E M I - F L U S H

riverside
rVE1716PA

See page 103

Taylor
TY1716AN/WT

See page 110

Taylor
TY1721AN

See page 110

Trilogy
TrG1712oZ

See page 115

Trilogy
TrG1716oZ

See page 115

Whitney
Whi1716iS

See page 118

Baron
Bro1715Mk

See page 131

Castile
CS1718rk

See page 127

Milbank
MBk1716VG

See page 137

New harbor
Nhr1718WT

See page 135

Palmer
PLr1716PN

See page 138

Union Station
UST1716WT

See page 123
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emi-Flush Mounts Please see referenced page numbers for larger
images and full descriptions of these products.

Wesley
WSY1716if

See page 141

Wilder

WLr1716MB

See page 143

PLATINUM COLLECTION

Array
PCAY1722C

See page 157

PLATINUM COLLECTION

Superior
PCSP1718C

See page 151

PLATINUM COLLECTION

Shimmer
PCSr1716C

See page 147

Laguna
MC842SrC

See page 260

Cyrus
MCCS1720AS

See page 264

kingsford
MCkD1715TM

See page 265

ruckman
MCrM1716PN

See page 271

Zen
ZE1717k

See page 272

CAROLYN KINDER

Confetti
CkCf1714oS

See page 283

Tavern
TVN1717Dk

See page 144
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S E M I - F L U S H

CAROLYN KINDER

Confetti
CkCf1717oS

See page 283

CAROLYN KINDER

Metro
CkMo1716BN

See page 284

CAROLYN KINDER

Marisol
CkMS1716TM

See page 287

UPTOWN COLLECTION

Theater row
UPTr1716iS

See page 290

UPTOWN COLLECTION

Penn Station
UPPS1713BN

See page 291

UPTOWN COLLECTION

Tribeca
UPTB1718iS

See page 294

UPTOWN COLLECTION

Wall Street
UPWS1722BN

See page 294

Please see the Quoizel Tiffany
Collection on page 197 for many
attractive art glass semi-flush

mount lighting solutions.

CAROLYN KINDER

Confetti
CkCf1720oS

See page 283
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labasterMelon
fiNiSh:  ES Empire Silver

                        PN Palladian Bronze

GLASS: Faux Etched Alabaster Melon

ilson
fiNiSh: Palladian Bronze

GLASS: Clear & Opal Etched

AL182PN

AL183PN

AL184ES

WLS1615PN

WLS1613PN

PRODUCT DIMENSIONS BULBS

AL182ES/PN 4.5" H, 10.5" W, 10.5" Dp. 1-75W Med. Base or 18W CFL

AL183ES/PN 5" H, 13" W, 13" Dp. 2-75W Med. Base or 18W CFL

AL184ES/PN 6" H, 15" W, 15" Dp. 3-75W Med. Base or 18W CFL

WLS1613PN 7" H, 13" W, 13" Dp. 2-75W Med. Base or 18W CFL

WLS1615PN 7.5" H, 15" W, 15" Dp. 3-75W Med. Base or 18W CFL
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FLUSH MOUNTS

riffin
fiNiSh: AN Antique Nickel    C Polished Chrome

PN Palladian Bronze    WS Weathered Brass

GLASS: Etched Painted White Inside

NEW!

Matching Griffin semi-flush mounts available
See page 326

Gf1621PN

Gf1617AN

Gf1617WS

Gf1621C

for � 2015

NEW! 

PRODUCT DIMENSIONS CANOPY BULBS

GF1617AN/C/PN/WS 7" H, 17" W, 17" Dp. 6" D x 1.25" H 3-100W Med. Base or 23W CFL

GF1621AN/C/PN/WS 8.5" H, 21" W, 21" Dp. 6" D x 1.25" H 4-75W Med. Base or 18W CFL
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elon
fiNiSh: A Antique Brass    ES Empire Silver

PN Palladian Bronze    W Fresco

GLASS: Etched Melon

ML183W

ML184PN

ML183ES

ML183A

ML182PNUL

PRODUCT DIMENSIONS BULBS

ML182AUL/ESUL/PNUL/WUL 4.5" H, 10.5" W, 10.5" Dp. 1-75W Med. Base or 18W CFL

ML183A/ES/PN/W 5" H, 13" W, 13" Dp. 2-75W Med. Base or 18W CFL

ML184A/ES/PN/W 6" H, 15" W, 15" Dp. 3-75W Med. Base or 18W CFL
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FLUSH MOUNTS

anor
fiNiSh: BN Brushed Nickel    C Polished Chrome

PN Palladian Bronze    W Fresco

GLASS: White Alabaster

MNr1611BN

MNr1615PN

MNr1613C

MNr1613W

PRODUCT DIMENSIONS BULBS

MNR1611BN/C/PN/W 5" H, 11" W, 11" Dp. 1-100W Med. Base or 23W CFL

MNR1613BN/C/PN/W 5" H, 13" W, 13" Dp. 2-75W Med. Base or 18W CFL

MNR1615BN/C/PN/W 5.5" H, 15" W, 15" Dp. 3-75W Med. Base or 18W CFL

         

         

         



                                                   PRODUCT                    DIMENSIONS                                       CANOPY/BACKPLATE                   BULBS                                                       SHADE DIMS.

                                                   PCSP1718C                 15.5" H, 18" W, 18" Dp.                                      5" D                                 4-40W Clear G9 Xenon**                                     -

                                                   PCSP2823C                 23.5" H*, 23" W, 23" Dp.                                    6" D                                 6-40W Clear G9 Xenon**                                     -

                                                   PCTR1502C                 8.5" H, 1.5" W, 1.5" Dp.                                      5" D                                 1-20W Clear G4 Xenon**                               1.5" x 8"
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ummit
fiNiSh:  BN Brushed Nickel

                        PN Palladian Bronze

ShADE: Opal Glass

SMT1612PN

SMT1617BN

SMT1614PN

SMT1614BN

PRODUCT DIMENSIONS BULBS

SMT1612BN/PN 4.5" H, 12" W, 12" Dp. 1-100W Med. Base or 23W CFL

SMT1614BN/PN 5.5" H, 14" W, 14" Dp. 2-75W Med. Base or 18W CFL

SMT1617BN/PN 6" H, 17" W, 17" Dp. 3-75W Med. Base or 18W CFL



                                                   P                                                          C                                                                           S  

                                                   P                                                                                             4                                        

                                                   P                                                                                           6                                        

                                                   P                                                                                             1                                    

                                          PRODUCT                    DIMENSIONS                                      CANOPY/BACKPLATE                   BULBS                                                      SHADE DIMS.

                                          PCSP1718C                 15.5" H, 18" W, 18" Dp.                                      5" D                                 4-40W Clear G9 Xenon**                                    -

                                          PCSP2823C                 23.5" H*, 23" W, 23" Dp.                                    6" D                                 6-40W Clear G9 Xenon**                                    -

                                          PCTR1502C                 8.5" H, 1.5" W, 1.5" Dp.                                      5" D                                 1-20W Clear G4 Xenon**                              1.5" x 8"
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FLUSH MOUNTS

ound
fiNiSh: Royal Ebony

osslyn
fiNiSh: Brushed Nickel

ShADE: White Silk Fabric

ajesty
fiNiSh: Vintage Gold

Matching Josslyn semi-flush mount available
See page 331

BND1613BA

MJY1615VG

JS1615BN

for � 2015

NEW! 

for � 2015

NEW! 

CRYSTAL
strands

VINTAGE STYLE
bulb included

See matching chandelier on page 180

         

         

         

PRODUCT DIMENSIONS CANOPY BULBS SHADE DIMS.

BND1613BA 7" H, 13.5" W, 13.5" Dp. 5.25" D x .75" H. 3-40W T8 Vintage Bulbs (Supplied)* -

JS1615BN 8.5" H, 15" W, 15" Dp. 8" D x 1.5" H 2-100W Med. Base or 23W CFL 12" x 12" x 7.5"

MJY1615VG 14" H, 15.5" W, 15" Dp. 5" D x 1.25" H 4-60W Cand. Base -

*Max Wattage: 60W Cand. Base. 
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zark
fiNiSh: iN Iron Gate    PN Palladian Bronze

GLASS: Etched Painted White Inside

Matching Ozark semi-flush mounts available
See page 327

oZ1613iN

Qf1778SPN

oZ1616PN

riad
fiNiSh:  BN Brushed Nickel (not shown)

                        PN Palladian Bronze

GLASS:   BN Opal Etched

                        PN Champagne Marble

PRODUCT DIMENSIONS CANOPY BULBS

OZ1613IN/PN 5.5" H, 13" W, 13" Dp. - 2-60W Med. Base or 13W CFL

OZ1616IN/PN 6.5" H, 16" W, 16" Dp. - 3-60W Med. Base or 13W CFL

QF1778SBN/SPN 9" H, 13" W, 13" Dp. 10" D x .875" H 3-100W Med. Base or 23W CFL



From the PLATINUM BORDEAUX COLLECTION:
BRX1619C
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lush Mounts Please see referenced page numbers for larger
images and full descriptions of these products.

Adonis
ADS1615DC

See page 42

Duchess
Dh1616AN/PN

See page 62

Laila
LLA1615rA

See page 89

New England
NA1616BN

See page 101

Monterey 
Mosaic

MY1613ML

See page 98

Monterey 
Mosaic

MY1618ML

See page 98

Cabin
CBN1612LT

See page 126

PLATINUM COLLECTION

Beaumont
BMT1617C

See page 148

PLATINUM COLLECTION

Bordeaux
BrX1614C

See page 146

PLATINUM COLLECTION

Bordeaux
BrX1619C

See page 146

PLATINUM COLLECTION

Bordeaux
BrX1626C

See page 146

PLATINUM COLLECTION

Paragon
PrN1614C

See page 147
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FLUSH MOUNTS

PLATINUM COLLECTION

ribbons
rBN1616C/CrC/MN/SG/W/WT

See page 153

PLATINUM COLLECTION

ribbons
rBN1622C/CrC/MN/SG/W/WT

See page 153

PLATINUM COLLECTION

ribbons
rBN1628C/CrC/MN/SG/W/WT

See page 153

PLATINUM COLLECTION

Empress
EMP1616C

See page 148

PLATINUM COLLECTION

Empress
EMP1623C

See page 148

PLATINUM COLLECTION

Countess
PCCT1616C

See page 148

PLATINUM COLLECTION

Countess
PCCT1623C

See page 148

PLATINUM COLLECTION

Ella
PCEL1616C

See page 150

PLATINUM COLLECTION

Ella
PCEL1623C

See page 150

PLATINUM COLLECTION

Valla
VLA1618C

See page 149

PLATINUM COLLECTION

highrise
PChE1616C

See page 150

PLATINUM COLLECTION

highrise
PChE1620C

See page 150
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lush Mounts Please see referenced page numbers for larger
images and full descriptions of these products.

PLATINUM COLLECTION

Stellar
PCSL1616C

See page 157

Chamber
ChB1612Dk

See page 270

Laguna
MCLG1612rC

See page 261

Laguna
MCLG1616rC

See page 261

Zen
ZE1617k

See page 272

Please see the Quoizel Tiffany
Collection on page 197 for many
attractive art glass flush mount

lighting solutions.

PLATINUM COLLECTION

Avanti
PCAT1617C

See page 156

PLATINUM COLLECTION

Bravado
PCBV1613C

See page 157

PLATINUM COLLECTION

Bravado
PCBV1617C

See page 157



From the KYLE COLLECTION:
KY1404IB  (p. 353)

Q U O I Z E L
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acifica
FINIsH: Polished Chrome

GLAss: Opal Etched with Wave Pattern

enning
FINIsH: Palladian Bronze

sHADE: Metal

aylor
FINIsH: Antique Nickel

GLAss: Opal Etched

All Quoizel Track Lights Swivel

QTR10054PN

TY1404AN

PF1405C

Please see pages 107-111
for matching Taylor products

PRODUCT DIMENSIONS CANOPY BULBS

PF1405C 10.5" H, 44.5" W, 4.5" Dp. 6.5" L x 4.5" W 5-60W Frosted G9 Halogen*

QTR10054PN 13.5" H, 36" W, 3.5" Dp. 6.5" D 4-50W MR-16 with GU10 Base Shielded*

TY1404AN 8.5" H, 43" W, 3" Dp. 9" L x 4.5" W  x .875" Dp. 4-60W Frosted G9 Halogen*

*Bulbs Supplied.
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TRACK LIGHTING

astvale
FINIsH: Palladian Bronze

sHADE: Metal

yle
FINIsH: Imperial Bronze

sHADE: Butterscotch Onyx

ontereyMosaic
FINIsH: Malaga

sHADE: Penn Shell Mosaic

EVE1404PN

KY1404IB

MY1404ML

All Quoizel Track Lights Swivel
Please see page 130
for matching Eastvale products

Please see pages 94-99
for matching Monterey Mosaic products

Please see pages 78-83
for matching Kyle products.

            

           

                

 

PRODUCT DIMENSIONS CANOPY BULBS

EVE1404PN 10.5" H, 36.5" W, 3.5" Dp. 7" L x 5" W  4-50W MR-16 with GU10 Base Shielded*

KY1404IB 14.5" H, 36" W, 4.5" Dp. 8.25" L x 4.5" W 4-100W Med. Base or 23W CFL

MY1404ML 16.5" H, 43.5" W, 5" Dp. 7.25" D 4-100W Med. Base or 23W CFL

*Bulbs Supplied.



From the DUCHESS COLLECTION:
DH1404PN



All Quoizel Track Lights Swivel

uchess
FINIsH: AN Antique Nickel  PN Palladian Bronze

GLAss: AN Grey Marble  PN Champagne Marble

liza
FINIsH: Palladian Bronze

GLAss: Gradient Amber Mist
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DH1404AN

DH1404PN

ALZ1404PN

TRACK LIGHTING

Please see pages 58-63
for matching Duchess products

Please see pages 43-47
for matching Aliza products

                                          PRODUCT                    DIMENSIONS                                                CANOPY                             BULBS

                                          DH1404AN/PN             12.5" H, 36.5" W, 6" Dp.                            6.5" L x 4.5" W                        4-100W Med. Base or 23W CFL

                                          ALZ1404PN                 13" H, 41.5" W, 6" Dp.                                 8" L x 4.5" W                          4-100W Med. Base or 23W CFL



tephen
FINIsH: Vintage Bronze

sheville
FINIsH: Valiant Bronze
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nglenook
FINIsH: Valiant Bronze

TFIK1404VA

TFsT1404VB

TFAs1404VA

Please see pages 198-200
for matching Inglenook products

Please see pages 202-204
for matching Asheville products

Please see pages 209-210
for matching Stephen products

Track Light converts to 
an Island Light

All Quoizel Track Lights Swivel

FoR � 2015

NEW! 

FoR � 2015

NEW! 

FoR � 2015

NEW! 

PRODUCT DIMENSIONS CANOPY BULBS GLASS

TFAS1404VA 13.5" H, 43.5" W, 7" Dp. 5.5" Sq. x 1.75" H 4-100W Med. Base or 23W CFL Each Shade Contains 44 Pieces of Tiffany Glass

TFIK1404VA 14.5" H, 42" W, 6" Dp. 9.5" L x 4.5" W x .75" Dp. 4-100W Med. Base or 23W CFL Each Shade Contains 184 Pieces of Tiffany Glass

TFST1404VB 14" H, 41" W, 6" Dp. 9.5" L x 4.5" W x .75" Dp. 4-100W Med. Base or 23W CFL Each Shade Contains 125 Pieces of Tiffany Glass



From the DOWNTOWN COLLECTION: DW8701C
(p. 55)

Q U O I Z E L



illenium
FInISh:  GY Gallery Gold

                PS Pewter Plated

                  TM Teco Marrone

ShaDE : White Parchment
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uma
FInISh: Imperial Bronze

GLaSS: Amber Scavo

LSM8801TM

LSM8801PS

LSM8801GY

YU8710IB

                                          PRODUCT                    DIMENSIONS                             BACKPLATE                   HCWO BULBS SHADE DIMS

                                          LSM8801GY                10" H, 10" W, 5.5" Dp.                       7" D                            3.5" 1-60W Cand. Base (7.5" x 4") x (10" x 5.5") x 7"

                                          LSM8801PS/TM          10" H, 9" W, 5.5" Dp.                         7" D                            3.5" 1-60W Cand. Base 9" x 5.5" x 7"

                                          YU8710IB                    8.5" H, 17" W, 9" Dp.                        4.5" D                          2.5" 1-100W Med. Base or 23W CFL -
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WA L L  F I X T U R E S

all Fixtures Please see referenced page numbers for larger
images and full descriptions of these products.

adonis
aDS8701DC

See page 40

Kyle
KY8801In/IB

See page 83

Sophia
SPh8701Bn

See page 106

noble
nBE8702RK

See page 121

armelle
aME8701IB

See page 51

La Parra
LP8601IB

See page 85

Taylor
TY8501an

See page 110

Kendra
KD8701MM

See page 76

Marquette
MQ8701hL

See page 92

Trilogy
TRG8701OZ

See page 114

Tricia
TCa8701VP

See page 129

Kyle
KY8701IB/In

See page 83

Monterey
Mosaic

MY8801ML

See page 99

Whitney
WhI8701IS

See page 118

Carwyn
CWn8305IB

See page 274

Remi
REM8701C

See page 139
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all Fixtures Please see referenced page numbers for larger
images and full descriptions of these products.

Inglenook
TFIK8802

See page 199

Stephen
TFST8701VB

See page 210

UPTOWN COLLECTION

Theater Row
UPTR8701IS/WT

See page 290

UPTOWN COLLECTION

Madison
Manor

UPMM8701IS/WT

See page 296

Samara
TFSM8701VB

See page 217

UPTOWN COLLECTION

Seaport
UPSE8701WT

See page 298

Bath Lighting

Please see the Quoizel
Bath Lighting Collection

on page 361 for many 
additional wall lighting

solutions.

Classic
Craftsman

TFCC8802

See page 222

UPTOWN COLLECTION

Sutton 
Place

UPSP8701IS

See page 296

UPTOWN 

COLLECTION

East Village
UPEV8701WT

See page 299

UPTOWN 

COLLECTION

holita
UPhL8701IS

See page 300



From the KOLT COLLECTION: 
KLT8603C
(p. 382)

Also shown: 
GREYSTONE MIRROR: QR1815

(See Quoizel Portables 
Catalog, p.108)

Q U O I Z E L
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alZ8602Pn

alZ8603Pn

alZ8604Pn

alZ8601Pn

Enlarged for detail

liza

liza
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

ALZ8601PN 7.5" H, 6" W, 7.5" Dp. 4.5" W x 6.5" H 3.5" 1-100W Med. Base or 23W CFL

ALZ8602PN 8" H, 16" W, 8" Dp. 6.5" W x 4.5" H 5" 2-100W Med. Base or 23W CFL

ALZ8603PN 8.5" H, 24" W, 8" Dp. 6.5" W x 4.5" H 5" 3-100W Med. Base or 23W CFL

ALZ8604PN 8" H, 33" W, 8" Dp. 6.5" W x 4.5" H 5" 4-100W Med. Base or 23W CFL

Aliza bath fixtures can be mounted as uplights or downlights.

Finish: 

Palladian Bronze

glass: 

Gradient amber Mist



From the ALIZA COLLECTION
ALZ8603PN

Also shown: 

Breckenridge Mirror  QR1419PN
(See Quoizel Portables 

Catalog, p.106)

Bath liGhtinG
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an8539Es

an8540Es

an8541Es

Enlarged for detail

dano

dano
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

AN8539ES 7.5" H, 14" W, 7" Dp. 8" W x 4.5" H 3" 2-100W Med. Base or 23W CFL

AN8540ES 7.5" H, 21" W, 7" Dp. 8" W x 4.5" H 3" 3-100W Med. Base or 23W CFL

AN8541ES 7.5" H, 28" W, 7" Dp. 8" W x 4.5" H 3" 4-100W Med. Base or 23W CFL

Adano bath fixtures can be mounted as uplights or downlights.

Finish: 

empire silver

glass: 

opal etched Cased
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Bath liGhtinG

BgT8602Bn

BgT8603Bn

BgT8604Bn

Enlarged for detail

roadgate

Finish: 

Brushed nickel

glass: 

Clear opal

roadgate
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

BGT8602BN 10" H, 17.5" W, 9" Dp. 5.25" D 5.5" 2-100W Med. Base or 23W CFL

BGT8603BN 10" H, 27" W, 9" Dp. 5.25" D 5.5" 3-100W Med. Base or 23W CFL

BGT8604BN 10" H, 36" W, 9" Dp. 5.25" D 5.5" 4-100W Med. Base or 23W CFL

Broadgate bath fixtures can be mounted as uplights or downlights.
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aYR8602Bn

aYR8603Bn

aYR8604Bn

Enlarged for detail

yers

yers
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

AYR8602BN 7" H, 15" W, 7.5" Dp. 8" W x 4.5" H 6" 2-100W Med. Base or 23W CFL

AYR8603BN 7" H, 23.5" W, 7.5" Dp. 8" W x 4.5" H 6" 3-100W Med. Base or 23W CFL

AYR8604BN 7" H, 32.5" W, 7.5" Dp. 8" W x 4.5" H 6" 4-100W Med. Base or 23W CFL

Ayers bath fixtures can be mounted as uplights or downlights.

Finish: 

Brushed nickel

glass: 

opal etched



From the AYERS COLLECTION:
AYR8603BN

Also shown: 

Envision Mirror  QR1814
(See Quoizel Portables 

Catalog, p.108)

Bath liGhtinG
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BWR8602Bn

BWR8603Bn

BWR8604Bn

Enlarged for detail

ower

ower
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

BWR8602BN 9.5" H, 13" W, 7" Dp. 5" D 7" 2-100W Med. Base or 23W CFL

BWR8603BN 9.5" H, 21.5" W, 7" Dp. 5" D 7" 3-100W Med. Base or 23W CFL

BWR8604BN 9.5" H, 28.5" W, 7" Dp. 5" D 7" 4-100W Med. Base or 23W CFL

Bower bath fixtures can be mounted as uplights or downlights.

Finish: 

Brushed nickel

glass: 

opal etched
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Bath liGhtinG

ClE8603Bn

ClE8604Bn

ClE8602Bn

Enlarged for detail

larke
Finish: 

Brushed nickel

glass: 

opal frosted

larke
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

CLE8602BN 9.5" H, 13" W, 7.5" Dp. 5" D 5" 2-100W Med. Base or 23W CFL

CLE8603BN 9.5" H, 21.5" W, 7.5" Dp. 5" D 5" 3-100W Med. Base or 23W CFL

CLE8604BN 9.5" H, 30" W, 7.5" Dp. 5" D 5" 4-100W Med. Base or 23W CFL

Clarke bath fixtures can be mounted as uplights or downlights.

          

          

          

         



From the DUCHESS COLLECTION
Bath Fixture: DH8603PN  Mirror: DH44024PN Dh44030Pn
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Bath liGhtinG

Dh8602Pn

Dh8603an

Dh8604an

Enlarged for detail

Dh8601Pn

uchess

See matching Duchess styles on page 58

uchess
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS GLASS

DH8601AN/PN 11" H, 6" W, 8" Dp. 4.75" W x 6.75" H 7.5" 1-100W Med. Base or 23W CFL -

DH8602AN/PN 11" H, 16" W, 7.5" Dp. 9" W, 5" H, 1" Dp. 7.5" 2-100W Med. Base or 23W CFL -

DH8603AN/PN 11" H, 23" W, 7.5" Dp. 9" W, 5" H, 1" Dp. 7.5" 3-100W Med. Base or 23W CFL -

DH8604AN/PN 11" H, 31.5" W, 7.5" Dp. 9" W, 5" H, 1" Dp. 7.5" 4-100W Med. Base or 23W CFL -

DH43024PN 30" H, 24" W, 1.5" Dp. - - - Beveled

DH44030PN 40" H, 30" W, 30" Dp. - - - Beveled

Duchess bath fixtures can be mounted as uplights or downlights. Duchess mirrors can be hung vertically or horizontally.

Finish: 

an antique nickel  Pn Palladian Bronze 

glass: 

an Grey Marble  Pn Champagne Marble
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Di8503C

Di8503CO

Di8504C

Di8502C

Di43224C

emitri

Beveled Mirror

Enlarged for detail

emitri
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

DI8502C/CO 8" H, 18" W, 8" Dp. 8" W x  4.5" H 5.5" 2-100W Med. Base or 23W CFL

DI8503C/CO 8.5" H, 26" W, 8" Dp. 8" W x  4.5" H 5.5" 3-100W Med. Base or 23W CFL

DI8504C/CO 8.5" H, 35.5" W, 8" Dp. 8" W x  4.5" H 5.5" 4-100W Med. Base or 23W CFL

DI43224C 32" H, 26.5" W, 1" Dp. - - -

Demitri bath fixtures can be mounted as uplights or downlights.

Finish: 

C/CO Polished Chrome

glass: 

C White seedy sandstone

CO opal etched 



From the 
DEMITRI COLLECTION
Bath Fixture: DI8503ES  

Also shown: 

Demitri Mirror  DI43224ES
(See Quoizel Portables 
Catalog, p.101)

Bath liGhtinG
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Di43224Es

Di8502Es

Di8503Es

Di8504Es

emitri

Enlarged for detail

emitri
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

DI8502ES 8" H, 18" W, 8" Dp. 8" W x 4.5" H 5.5" 2-100W Med. Base or 23W CFL

DI8503ES 8.5" H, 26" W, 8" Dp. 8" W x 4.5" H 5.75" 3-100W Med. Base or 23W CFL

DI8504ES 8.5" H, 35.5" W, 8" Dp. 8" W x 4.5" H 5.5" 4-100W Med. Base or 23W CFL

DI43224ES 32" H, 26.5" W, 1" Dp. - 5.5" -

Demitri bath fixtures can be mounted as uplights or downlights.

Finish: 

Es empire silver 

glass: 

Es opal etched
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Bath liGhtinG

DVn8602Bn

DVn8603C

DVn8604Bn

evlin

Enlarged for detail

Finish: 

Bn Brushed nickel  C Polished Chrome

glass: 

opal

evlin
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

DVN8602BN/C 6" H, 14" W, 8" Dp. 6.5" W x 4.5" H x 1" Dp. 3" 2-60W Frosted G9 Halogen*

DVN8603BN/C 6" H, 22.5" W, 8" Dp. 6.5" W x 4.5" H x 1" Dp. 3" 3-60W Frosted G9 Halogen*

DVN8604BN/C 6" H, 31.5" W, 8" Dp. 6.5" W x 4.5" H x 1" Dp. 3" 4-60W Frosted G9 Halogen*

*Bulb Supplied. Devlin bath fixtures can be mounted as uplights or downlights.
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DW8603C

DW8604C

DW43222Bn

Enlarged for detail

DW8701C

DW8602C

owntown

Brushed nickel

Beveled Mirror

owntown
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

DW8602C 7.5" H, 15" W, 7" Dp. 8" W x 5" H 5" 2-60W Frosted G9 Halogen*

DW8603C 7.5" H, 24.5" W, 7" Dp. 8" W x 5" H 5" 3-60W Frosted G9 Halogen*

DW8604C 7.5" H, 33.5" W, 7" Dp. 8" W x 5" H 5" 4-60W Frosted G9 Halogen*

DW8701C 11.5" H, 6" W, 8" Dp. 6" D 7.75" 1-100W Med. Base or 23W CFL

DW43222BN 32" H, 22" W, 1.5" Dp. - - -

*Bulb Supplied. Downtown bath fixtures can be mounted as uplights or downlights.

Finish: 

Polished Chrome

glass: 

opal etched
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Bath liGhtinG

DX8601C

DX8602C

DX8604C

DX8603C

Enlarged for detail

eluxe
Finish: 

Polished Chrome

glass: 

White linen

             

             

             

          

     

           

eluxe
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

DX8601C 10" H, 6" W, 7.5" Dp. 4.5" W x 6.5" H 7" 1-100W Med. Base or 23W CFL

DX8602C 10" H, 18" W, 7.5" Dp. 6.25" W x 4.5" H 8" 2-100W Med. Base or 23W CFL

DX8603C 10" H, 25.5" W, 7.5" Dp. 6.25" W x 4.5" H 8" 3-100W Med. Base or 23W CFL

DX8604C 10" H, 33.5" W, 7.5" Dp. 6.25" W x 4.5" H 8" 4-100W Med. Base or 23W CFL

Deluxe bath fixtures can be mounted as uplights or downlights.
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EDs8601WT

EDs8602WT

EDs8603WT

VINTAGE STYLE
bulb included

EDs8604WT

Enlarged for detail

dison

dison
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

EDS8601WT 10" H, 5" W, 6.5" Dp. 5" D 8.5" 1-60W Vintage Bulb (Supplied)*

EDS8602WT 10" H, 16" W, 5.5" Dp. 7.5" W x 4.5" H x 1" Dp. 8.5" 2-60W Vintage Bulbs (Supplied)*

EDS8603WT 10" H, 23" W, 7" Dp. 7.5" W x 4.5" H x 1" Dp. 8.5" 3-60W Vintage Bulbs (Supplied)*

EDS8604WT 10" H, 32.5" W, 7" Dp. 7.5" W x 4.5" H x 1" Dp. 8.5" 4-60W Vintage Bulbs (Supplied)*

Edison bath fixtures can be mounted as uplights or downlights. *Max Wattage: 100W Med. Base or 23W CFL.

Finish: 

Western Bronze

glass: 

Clear seedy 



379Q U O I Z E L . C O M

Bath liGhtinG

Ei8602C

Ei8603C

Ei8604C

Enlarged for detail

Finish: 

Polished Chrome

glass: 

White opal etched

llis
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

EI8602C 8" H, 15.5" W, 5.5" Dp. 7.75" W x 5" H 5.5" 2-100W Med. Base or 23W CFL

EI8603C 8" H, 24" W, 5.5" Dp. 7.75" W x 5" H 5.5" 3-100W Med. Base or 23W CFL

EI8604C 8" H, 32" W, 5.5" Dp. 7.75" W x 5" H 5.5" 4-100W Med. Base or 23W CFL

All Ellis bath fixtures can be mounted as uplights or downlights.

         

               

               

               

                

llis
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ERn8603iB

ERn8604iB

ERn8602iB

Enlarged for detail

rin

rin
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

ERN8602IB 6" H, 17" W, 5" Dp. 8" W x 5" H x .75" Dp. 3.5" 2-60W Frosted G9 Halogen*

ERN8603IB 6" H, 24" W, 5" Dp. 8" W x 5" H x .75" Dp. 3.5" 3-60W Frosted G9 Halogen*

ERN8604IB 6" H, 33" W, 5" Dp. 8" W x 5" H x .75" Dp. 3.5" 4-60W Frosted G9 Halogen*

*Bulb Supplied. Erin bath fixtures can be mounted as uplights or downlights.

Finish: 

imperial Bronze

glass: 

opal etched
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Bath liGhtinG

hs8601C

hs8603C

hs8602C

hs8604C

ollister

Enlarged for detail

Finish: 

Polished Chrome

glass: 

opal etched

ollister
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

HS8601C 9.5" H, 5" W, 8" Dp. 5" W x 7" H 5.5" 1-100W Med. Base or 23W CFL

HS8602C 9.5" H, 14.5" W, 7.5" Dp. 6.75" W x 4.75" H 7" 2-100W Med. Base or 23W CFL

HS8603C 9.5" H, 23" W, 7.5" Dp. 6.75" W x 4.75" H 7" 3-100W Med. Base or 23W CFL

HS8604C 9.5" H, 32.5" W, 7.5" Dp. 6.75" W x 4.75" H 7" 4-100W Med. Base or 23W CFL

Hollister bath fixtures can be mounted as uplights or downlights.
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KlT8604C

KlT8603C

KlT8602C

olt

Enlarged for detail

olt
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

KLT8602C 6" H, 13" W, 6.5" Dp. 6" W x 6.5" H 3.5" 2-50W Frosted G9 Halogen*

KLT8603C 6" H, 21" W, 6.5" Dp. 6" W x 6.5" H 3.5" 3-50W Frosted G9 Halogen*

KLT8604C 6" H, 29" W, 6.5" Dp. 6" W x 6.5" H 3.5" 4-50W Frosted G9 Halogen*

*Bulb Supplied. Kolt bath fixtures can be mounted as uplights or downlights. 

Finish: 

Polished Chrome

glass: 

outer: Clear  inner: heavy sandblasted
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Bath liGhtinG

lFT8602C

lFT8603C

lFT8604C

oft

FOR � 2015

nEW! 

Enlarged for detail

Finish: 

Polished Chrome

glass: 

Clear sandblasted inside

oft
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

LFT8602C 7.5" H, 15" W, 6.5" Dp. 6" W x 4.5" H x 1" Dp. 5.25" 2-100W Med. Base or 23W CFL

LFT8603C 7.5" H, 24" W, 6.5" Dp. 6" W x 4.5" H x 1" Dp. 5.5" 3-100W Med. Base or 23W CFL

LFT8604C 7.5" H, 34" W, 6.5" Dp. 6" W x 4.5" H x 1" Dp. 5.5" 4-100W Med. Base or 23W CFL

Loft bath fixtures can be mounted as uplights or downlights.
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MlD8602Bn

MlD8603Bn

MlD8604Bn

Glass Detail

elody

Enlarged for detail

elody
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

MLD8602BN 6.5" H, 15" W, 5.5" Dp. 9" W x 5.75" H x 1" Dp. 3.5" 2-100W Med. Base or 23W CFL

MLD8603BN 6.5" H, 24" W, 5.5" Dp. 9" W x 5.75" H x 1" Dp. 3.5" 3-100W Med. Base or 23W CFL

MLD8604BN 6.5" H, 33" W, 5.5" Dp. 9" W x 5.75" H x 1" Dp. 3.5" 4-100W Med. Base or 23W CFL

Melody bath fixtures can be mounted as uplights or downlights.

Finish: 

Brushed nickel 

glass: 

Mottled textured
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Bath liGhtinG

ngT8603Bn

ngT8604Bn

ngT8602Bn

orthgate

Enlarged for detail

Finish: 

Brushed nickel

glass: 

opal etched

orthgate
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

NGT8602BN 7" H, 12" W, 6" Dp. 8" W x 5" H x 1" Dp. 4" 2-100W Med. Base or 23W CFL

NGT8603BN 7" H, 20" W, 6" Dp. 8" W x 5" H x 1" Dp. 4" 3-100W Med. Base or 23W CFL

NGT8604BN 7" H, 27.5" W, 6" Dp. 8" W x 5" H x 1" Dp. 4" 4-100W Med. Base or 23W CFL

North Gate bath fixtures can be mounted as uplights or downlights.
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nl8601h0

nl8604C

nl8603Bn

Enlarged for detail

Enlarged for detail

icholas

nl8602C

icholas
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

NL8601BN/C/HO 10" H, 5" W, 7" Dp. 4.5" W  x 8" H 5" 1-100W Med. Base or 23W CFL

NL8602BN/C/HO 10" H, 15" W, 7" Dp. 8" W  x 4.5" H 3.5" 2-100W Med. Base or 23W CFL

NL8603BN/C/HO 10" H, 22" W, 7" Dp. 8" W  x 4.5" H 3.5" 3-100W Med. Base or 23W CFL

NL8604BN/C/HO 10" H, 30.5" W, 7" Dp. 8" W  x 4.5" H 3.5" 4-100W Med. Base or 23W CFL

Nicholas bath fixtures can be mounted as uplights or downlights.

Finish: 

Bn Brushed nickel  C Polished Chrome  hO harbor Bronze

glass: 

opal etched
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Bath liGhtinG

nn8602Bn

nn8604Bn

nn8603Bn

olan

Enlarged for detail

Finish: 

Brushed nickel

glass: 

opal etched

olan
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

NN8602BN 5.5" H, 19" W, 6" Dp. 7" W x 4.5" H 3.5" 2-60W Frosted G9 Halogen*

NN8603BN 5.5" H, 26.5" W, 6" Dp. 7" W x 4.5" H 3.5" 3-60W Frosted G9 Halogen*

NN8604BN 5.5" H, 35.5" W, 6" Dp. 7" W x 4.5" H 3.5" 4-60W Frosted G9 Halogen*

*Bulb Supplied. Nolan bath fixtures can be mounted as uplights or downlights. 
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PRl8603PK

PRl8601PK

PRl8602PK

arallel

FOR � 2015

nEW! 

arallel
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PRL8601PK 8.5" H, 8.5" W, 5.5" Dp. 8" W x 4.5" H x 0.75" Dp. 5.75" 1-100W Med. Base or 23W CFL

PRL8602PK 8.5" H, 19" W, 5.5" Dp. 8" W x 4.5" H x 0.75" Dp. 5.75" 2-100W Med. Base or 23W CFL

PRL8603PK 8.5" H, 30" W, 5.5" Dp. 8" W x 4.5" H x 0.75" Dp. 5.75" 3-100W Med. Base or 23W CFL

Parallel bath fixtures can be mounted as uplights or downlights.

Finish: 

Polished nickel

glass: 

opal etched
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Bath liGhtinG

PY8602an

PY8604an

PY8603an

erry

Enlarged for detail

Finish: 

antique nickel 

glass: 

opal etched

erry
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PY8602AN 7" H, 14" W, 7" Dp. 7" W x 4.5" H  5" 2-60W Frosted G9 Halogen*

PY8603AN 7" H, 23" W, 7" Dp. 7" W x 4.5" H  5" 3-60W Frosted G9 Halogen*

PY8604AN 7" H, 32" W, 7" Dp. 7" W x 4.5" H  5" 4-60W Frosted G9 Halogen*

*Bulb Supplied. Perry bath fixtures can be mounted as uplights or downlights.

                

                

                

         



From the PACIFICA COLLECTION:
PF8603ES
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Bath liGhtinG

PF8603Es

PF8604Es

PF8602Es

acifica

Enlarged for detail

Finish: 

empire silver

glass: 

opal etched with Wave Pattern

acifica
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PF8602ES 6.5" H, 16" W, 6.5" Dp. 6.5" W x 4.5" H 4.5" 2-100W Med. Base or 23W CFL

PF8603ES 6.5" H, 25" W, 6.5" Dp. 6.5" W x 4.5" H 4.5" 3-100W Med. Base or 23W CFL

PF8604ES 6.5" H, 33.5" W, 6.5" Dp. 6.5" W x 4.5" H 4.5" 4-100W Med. Base or 23W CFL

Pacifica bath fixtures can be mounted as uplights or downlights.



392 Q U O I Z E L . C O M

Qi8603C

Qi8604C

Qi8602C

uinton

Enlarged for detail

uinton
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

QI8602C 9" H, 14" W, 5" Dp. 7" W x 5" H 6" 2-60W Frosted G9 Halogen*

QI8603C 9" H, 23.5" W, 5" Dp. 7" W x 5" H 6" 3-60W Frosted G9 Halogen*

QI8604C 9" H, 33.5" W, 5" Dp. 7" W x 5" H 6" 4-60W Frosted G9 Halogen*

*Bulb Supplied. Quinton bath fixtures can be mounted as uplights or downlights.

Finish: 

Polished Chrome

glass: 

opal etched
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Bath liGhtinG

sPh8702Bn

sPh8703Bn

sPh8704Bn

ophia

sPh8701Bn

Enlarged for detail

Finish: 

Brushed nickel

glass: 

etched Painted White inside

ophia
PRODUCT DIMENSIONS BACKPLATE HCWO BULB

SPH8701BN 10.5" H, 6" W, 8.5" Dp. 5" W x 7" H 7" 1-100W Med. Base or 23W CFL

SPH8702BN 9" H, 16" W, 8" Dp. 7" W x 4.75" H 8" 2-100W Med. Base or 23W CFL

SPH8703BN 9" H, 25" W, 8" Dp. 7" W x 4.75" H 8" 3-100W Med. Base or 23W CFL

SPH8704BN 9" H, 35" W, 8" Dp. 7" W, 4.75"  H 8" 4-100W Med. Base or 23W CFL

Sophia bath fixtures can be mounted as uplights or downlights.
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sTE8602Bn

sTE8603Bn

sTE8604Bn

towe

Enlarged for detail

towe
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

STE8602BN 8" H, 14.5" W, 7" Dp. 7.75" W  x 4.75" H x 1" Dp. 5" 2-100W Med. Base or 23W CFL

STE8603BN 8" H, 23" W, 7" Dp. 7.75" W  x 4.75" H x 1" Dp. 5" 3-100W Med. Base or 23W CFL

STE8604BN 8" H, 32" W, 7" Dp. 7.75" W  x 4.75" H x 1" Dp. 5" 4-100W Med. Base or 23W CFL

Stowe bath fixtures can be mounted as uplights or downlights.

Finish: 

Brushed nickel 

glass: 

White linen
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Bath liGhtinG

TB8601C

TB8603C

ranquil Bay

TB8604C

TB8602C

Enlarged for detail

Finish: 

Polished Chrome

glass: 

opal etched

ranquil Bay
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

TB8601C 6.5" H, 9" W, 7" Dp. 5" D 4" 1-100W Med. Base or 23W CFL

TB8602C 6.5" H, 18" W, 7" Dp. 5" D 4" 2-100W Med. Base or 23W CFL

TB8603C 6.5" H, 26" W, 7" Dp. 5" D 4" 3-100W Med. Base or 23W CFL

TB8604C 6.5" H, 34" W, 7" Dp. 5" D 4" 4-100W Med. Base or 23W CFL

Tranquil Bay bath fixtures can be mounted as uplights or downlights.
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TU8603Bn

TU8604Bn

atum

TU8602Bn

Enlarged for detail

atum
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

TU8602BN 5" H, 13" W, 5.5" Dp. 7" W x 4.5" H 2.63" 2-60W Frosted G9 Halogen*

TU8603BN 5" H, 21" W, 5.5" Dp. 10” W x 4.5” H 2.63" 3-60W Frosted G9 Halogen*

TU8604BN 5" H, 29" W, 5.5" Dp. 18” W x 4.5” H 2.63" 4-60W Frosted G9 Halogen*

*Bulbs supplied. Tatum bath fixtures can be mounted as uplights or downlights.

Finish: 

Brushed nickel

glass: 

opal etched
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Bath liGhtinG

TT8603C

TT8604Bn

ritan

TT8742Bn

Enlarged for detail

Finish: 

Bn Brushed nickel  C Polished Chrome  

glass: 

opal etched

ritan
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

TT8602C 9" H, 13" W, 7.5" Dp. 9" W x 4.5" H 6" 2-100W Med. Base or 23W CFL

TT8603C 10" H, 22" W, 7" Dp. 9" W x 4.5" H 6" 3-100W Med. Base or 23W CFL

TT8604BN/C 10" H, 30.5" W, 7.5" Dp. 9" W x 4.5" H 6" 4-100W Med. Base or 23W CFL

TT8742BN 9" H, 13" W, 7.5" Dp. 9" W x 4.5" H 6" 2-100W Med. Base or 23W CFL

TT8743BN 9" H, 22" W, 7.5" Dp. 9" W x 4.5" H 6" 3-100W Med. Base or 23W CFL

Tritan bath fixtures can be mounted as uplights or downlights.

            

            

            

           



From the TAYLOR COLLECTION
Bath Fixture: TY8603AN  Mirror: TY43625AN
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Bath liGhtinG

TY8601an

TY8602WT

TY43625an
TY8604WT

aylor

TY8603C

Enlarged for detail

antique nickel finish

Beveled Mirror

Finish: 

an antique nickel  C Polished Chrome

WT Western Bronze

glass: 

opal etched

aylor
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

TY8601AN/C/WT 7.5" H, 4.5" W, 5.5" Dp. 4.5" W x 5" H 5" 1-100W Med. Base or 23W CFL

TY8602AN/C/WT 7.5" H, 13.5" W, 4.5" Dp. 7" W x 4.5" H 5.5" 2-100W Med. Base or 23W CFL

TY8603AN/C/WT 7.5" H, 21" W, 5.5" Dp. 7" W x 4.5" H 5.5" 3-100W Med. Base or 23W CFL

TY8604AN/C/WT 7.5" H, 30" W, 5.5" Dp. 7" W x 4.5" H 5.5" 4-100W Med. Base or 23W CFL

TY43625AN 35.5" H, 25.5" W, 2" Dp. - - -

Taylor bath fixtures can be mounted as uplights or downlights.



ierre
Finish: Brushed nickel

shaDE: optic sandblasted inside

400 Q U O I Z E L . C O M

by Q U O I Z E L

PCPR8522Bn

PCPR8530Bn

RYE8604C

RYE8605C

B aT h  C O l l E C T i O n

oyale
Finish: Polished Chrome

Enlarged for detail

PCPR LED CHART 8522 8530

Lumens 1600 2200
Total Watts 20W 28W
Color Rendering Index (CRI) 80 80
Color Temperature (CCT) 3000K 3000K
Dimmable Yes Yes

Enlarged for detail

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS/LIGHT SOURCE

PCPR8522BN 4.5" H, 22" W, 4" Dp. 4.5" D 2.5" See LED chart

PCPR8530BN 4.5" H, 30" W, 4" Dp. 4.5" D 2.5" See LED chart

RYE8604C 5" H, 20" W, 5" Dp. 7"  W x 4.5" H 2.5" 4-20W Clear G4 Xenon*

RYE8605C 5" H, 24" W, 5" Dp. 7" W x 4.5" H 2.5" 5-20W Clear G4 Xenon*

*Bulbs supplied.
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Bath liGhtinG

PCsR8603C

PCsR8604C

himmer

PCsR8602C

Enlarged for detail

Finish: 

Polished Chrome

glass: 

Crystal studded

himmer
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PCSR8602C 8" H, 13.5" W, 5.5" Dp. 4.75" D 6" 2-40W Clear G9 Xenon*

PCSR8603C 8" H, 23" W, 5.5" Dp. 4.75" D 6" 3-40W Clear G9 Xenon*

PCSR8604C 8" H, 32" W, 5.5" Dp. 4.75" D 6" 4-40W Clear G9 Xenon*

*Bulbs supplied. Shimmer bath fixtures can be mounted as uplights or downlights.
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PRn8604C

PRn8606C

PRn8608C

aragon

Enlarged for detail

CRYSTAL
STRANDS

aragon
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PRN8604C 4.5" H, 14.5" W, 4" Dp. 7" W x 5" H 2.5" 4-20W Clear G4 Xenon*

PRN8606C 5" H, 21.5" W, 4" Dp. 7" W x 5" H 2.5" 6-20W Clear G4 Xenon*

PRN8608C 5" H, 28.5" W, 4" Dp. 7" W x 5" H 2.5" 8-20W Clear G4 Xenon*

*Bulbs supplied.

Finish: 

Polished Chrome
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PCaX8603C

PCaX8604C

lexa
Finish: Polished Chrome

shaDE: Crystal

Enlarged for detail

PCED8517C

PCED8528C

ndless
Finish: Polished Chrome

glass: optic, sandblasted inside

Enlarged for detail

PCED8521C

PCED LED CHART 8517 8521 8528

Lumens 1200 1800 2500
Total Watts 12W 18W 25W
Color Rendering Index (CRI) 80 80 80
Color Temperature (CCT) 3000K 3000K 3000K
Dimmable Yes Yes Yes

PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PCAX8603C 5" H, 25" W, 4" Dp. 24.37" W x 5.12" H 2.5" 3-40W Clear G9 Xenon*

PCAX8604C 5" H, 33" W, 4" Dp. 32.25" W x 5.12" H 2.5" 4-40W Clear G9 Xenon*

PCED8517C 4.5" H, 17.5" W, 4.5" Dp. 17.37" W x 4.37" H 2.18" See LED chart

PCED8521C 4.5" H, 21.5" W, 4.5" Dp. 21.25" W x 4.37" H 2.18" See LED chart

PCED8528C 4.5" H, 29" W, 4.5" Dp. 28.75" W x 4.37" H 2.18" See LED chart

*Bulbs supplied.
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From the 
EVERMORE COLLECTION:
EME8606C

Also shown: 
WEXFORD MIRROR: QR1817
(See Quoizel Portables 
Catalog, p.105)
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Bath liGhtinG

EME8604C

EME8606C

EME8608C

vermore

Enlarged for detail

faceted
crystals

Finish: 

Polished Chrome

vermore
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

EME8604C 5" H, 16" W, 6" Dp. 7" W x 4.5" H 2.5" 4-20W Clear G4 Xenon*

EME8606C 5" H, 23.5" W, 6" Dp. 7" W x 4.5" H 2.5" 6-20W Clear G4 Xenon*

EME8608C 5" H, 31" W, 6" Dp. 7" W x 4.5" H 2.5" 8-20W Clear G4 Xenon*

*Bulbs supplied.
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RBn8603Mn

RBn8607Mn

RBn8605Mn

Finish: 

Millenia

ibbons

Enlarged for detail

FOR � 2015

nEW! 

ibbons
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

RBN8603MN 5" H, 16.5" W, 5" Dp. 7" W x 4.75" H 2.5" 3-50W Frosted G9 Xenon*

RBN8605MN 5" H, 24" W, 5" Dp. 7" W x 4.75" H 2.5" 5-50W Frosted G9 Xenon*

RBN8607MN 5" H, 30.5" W, 5" Dp. 7" W x 4.75" H 2.5" 7-50W Frosted G9 Xenon*

*Bulbs supplied. Ribbons bath fixtures can be mounted vertically or horizontally.
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Bath liGhtinG

PCCi8602C

PCCi8603C

osmic

Enlarged for detail

PCCi8604C

Finish: 

Polished Chrome

glass: 

saturn

osmic
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PCCI8602C 7" H, 17" W, 5.5" Dp. 16" W x 4.25" H 5.5" 2-60W Frosted G9 Halogen*

PCCI8603C 7" H, 24" W, 7.5" Dp. 23.5" W x 4.25" H  5.5" 3-60W Frosted G9 Halogen*

PCCI8604C 7" H, 32" W, 7.5" Dp. 31" W x 4.25" H 5.5" 4-60W Frosted G9 Halogen*

*Bulbs supplied.  Cosmic bath fixtures can be mounted as uplights or downlights.
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PCBa8603C

PCBa8604C

PCBa8605C

arron

Enlarged for detail

arron
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PCBA8603C 5.5" H, 16" W, 5.5" Dp. 16" W x 5" H 3" 3-40W Clear G9 Xenon*

PCBA8604C 5.5" H, 22" W, 5.5" Dp. 22" W x 5" H 3" 4-40W Clear G9 Xenon*

PCBA8605C 5.5" H, 28" W, 5.5" Dp. 28" W x 5" H 3" 5-40W Clear G9 Xenon*

*Bulbs supplied.  Barron bath fixtures can be mounted as uplights or downlights.

Finish: 

Polished Chrome

glass: 

sandblasted inside, Clear outside
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Bath liGhtinG

PCgl8522Bn

PCgl8530Bn

lacial
Finish: Brushed nickel

glass: Clear with sandblast inside

ash
Finish: Polished Chrome

glass: WhitePCDh8530Bn

PCDh8522Bn Enlarged for detail

FOR � 2015

nEW! 

PCDH LED CHART 8522 8530

Lumens 1600 2000
Total Watts 20W 28W
Color Rendering Index (CRI) 80 80
Color Temperature (CCT) 2700-3000K 2700-3000K
Dimmable Yes Yes

PCGL LED CHART 8522 8530

Lumens 1700 3200
Total Watts 22W 30W
Color Rendering Index (CRI) 80 80
Color Temperature (CCT) 2700K 2700K
Dimmable Yes Yes

Enlarged for detail

PRODUCT DIMENSIONS BACKPLATE HCWO LIGHT SOURCE

PCDH8522BN 4.5" H, 22" W, 3.5" Dp. 21.5" W x 4.5" H 2.5" See LED chart

PCDH8530BN 4.5" H, 30" W, 3.5" Dp. 29.5" W x 4.5" H 2.5" See LED chart

PCGL8522BN 5" H, 22" W, 5" Dp. 6" x 5" 2.5" See LED chart

PCGL8530BN 5.5" H, 30" W, 5" Dp. 6.75" x 5.5" 2.5" See LED chart

*Bulbs supplied.
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PCEn8602Bn

PCEn8604Bn

xton

Enlarged for detail

PCEn8603Bn

xton
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

PCEN8602BN 5" H, 14.5" W, 5" Dp. 4.5" Sq. 2.5" 2-40W Frosted G9 Xenon*

PCEN8603BN 5" H, 22" W, 5" Dp. 4.5" Sq. 2.5" 3-40W Frosted G9 Xenon*

PCEN8604BN 5" H, 29.5" W, 5" Dp. 4.5" Sq. 2.5" 4-40W Frosted G9 Xenon*

Exton bath fixtures can be mounted as uplights or downlights. *Bulbs supplied.

Finish: 

Brushed nickel

glass: 

White opal etched
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Bath liGhtinG

PCPC8533C

romenade
Finish: Polished Chrome

shaDE: acrylic

ace
Finish: Polished Chrome

shaDE: Clear outer Glass

PCPE8536C

PCPE8524C

Enlarged for detail

PCPC8527C

Enlarged for detail

PCPC LED CHART 8527 8533

Lumens 2056 2741
Total Watts 32W 42W
Color Rendering Index (CRI) 80 80
Color Temperature (CCT) 3000K 3000K
Dimmable Yes Yes

PCPE LED CHART 8524 8536

Lumens 960 1440
Total Watts 8W 12W
Color Rendering Index (CRI) 90 90
Color Temperature (CCT) 3000K 3000K
Dimmable Yes Yes

TITLE
24

TITLE
24

PRODUCT DIMENSIONS BACKPLATE HCWO LIGHT SOURCE

PCPC8527C 4.5" H, 26.5" W, 4" Dp. 7" W x 4.5" H 2.5" See LED chart

PCPC8533C 4.5" H, 33" W, 4" Dp. 7" W x 4.5" H 2.5" See LED chart

PCPE8524C 4.5" H, 24" W, 3" Dp. 7" W x 4.5" H 2.5" See LED chart

PCPE8536C 4.5" H, 37" W, 3" Dp. 7" W x 4.5" H 2.5" See LED chart
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UPTa8602C

UPTa8603C

UPTa8604C

Enlarged for detail

hirdave

hirdave
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

UPTA8602C 5.5" H, 16" W, 4.5" Dp. 8" W x 5" H 3" 2-60W Frosted G9 Halogen*

UPTA8603C 5.5" H, 24" W, 4.5" Dp. 8" W x 5" H 3" 3-60W Frosted G9 Halogen*

UPTA8604C 5.5" H, 33" W, 4.5" Dp. 8" W x 5" H 3" 4-60W Frosted G9 Halogen*

Third Ave bath fixtures can be mounted as uplights or downlights. *Bulbs supplied.

Finish: 

Polished Chrome

glass: 

opal etched



From the MARBLEHEAD COLLECTION:
MBH8407PN   (p. 422)

Q U O I Z E L



414 Q U O I Z E L . C O M

Our Newbury Collection is now
available in attractive SEEDY 

glass in 3 finishes!

TITLE
24 Ny8407P

Ny8412Z

S • O • L • I • D

BRASS

Ny8409K

ewbury

For � 2015

NEW! 

Ny8411P

Ny8416Z

Ny1615K

TITLE
24

         

          

          

          

               

               

            

             

             

          

         

         

           

 
          

FINIsH: 
K Mystic Black  P Pewter  Z Medici Bronze

GLAss: 
Clear Seedy
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O U T D O O R

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

TITLE
24

Ny1909Z
Ny1912P

Ny1916K

Ny9016Z
Ny9012P

For � 2015

NEW! 

Ny9011K

ewbury
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS FINISHES

NY1615 8" H, 15.5" W, 15.5" Dp. - - 3-40W Cand. Base K, P, Z

NY1909 19" H, 11" W, 11" Dp. 5" D - 2-60W Cand. Base K, P, Z

NY1912 21" H*, 12.5" W, 12.5" Dp. 5" D - 3-60W Cand. Base K, P, Z

NY1916 26.5" H, 16" W, 16" Dp. 5" D - 4-60W Cand. Base K, P, Z

NY8407 12.5" H, 7" W, 7" Dp. 4.75" W x 5.5" H 6" 1-150W Med. Base or 40W CFL K, P, Z

NY8409 14" H, 9" W, 8" Dp. 4.75" W x 5.5" H 7" 1-150W Med. Base or 40W CFL K, P, Z

NY8411 20" H, 11" W, 10" Dp. 4.5" W x 9.25" H 10" 2-60W Cand. Base K, P, Z

NY8412 22.5" H, 12.5" W, 11.5" Dp. 4.5" W x 9.25" H 10" 3-60W Cand. Base K, P, Z

NY8416 29" H, 16" W, 15" Dp. 5.25" W x 12.5" H 12" 4-60W Cand. Base K, P, Z

NY9011 21" H, 11" W x 11" Dp. - - 2-60W Cand. Base K, P, Z

NY9012 23" H, 12" W, 12" Dp. - - 3-60W Cand. Base K, P, Z

NY9016 29.5" H, 16" W, 16" Dp. - - 4-60W Cand. Base K, P, Z

Outdoor hanging fixtures come with 12' of wire and 8' of chain.

Finishes Guide:
K=Mystic Black    P=Pewter    Z=Medici Bronze
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S • O • L • I • D

BRASS

Ny8339P

ewbury

             

             

             

          

                  

                   

               

                

                

             

            

            

           

 

               
          

One of our most popular and expansive outdoor

lines, the Newbury Collection, is available 

in 12 styles, each style in a number of attractive

finishes.  As we can only show a partial 

representation on these pages, please refer 

to the chart on the next page as a complete 

resource for dimensions and bulb/wattage 

information.
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O U T D O O R

Finish: Medici Bronze 

Glass: Clear Beveled

S • O • L • I • D

BRASS

The Newbury products on these pages represent a sampling 
of the 12 different styles offered in 6 different finishes.

Please refer to the chart below for dimensions 
and bulb/wattage information.

Finish: Polished Brass 

Glass: Clear Beveled

TITLE
24Ny8315B

Ny8317B

Ny9042Z

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Ny1794Z

TITLE
24

ewbury
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS FINISHES

NY1178 19" H, 11" W, 11" Dp. 5" D - 2-60W Cand. Base A, AC, B, K, P, Z

NY1179 21" H, 12.5" W, 12.5" Dp. 5" D - 3-60W Cand. Base A, AC, B, K, P, Z

NY1180 26.5" H, 16" W, 16" Dp. 5" D - 4-60W Cand. Base A, AC, B, K, P, Z

NY1794 8" H, 15.5" W, 15.5" Dp. - - 3-40W Cand. Base B, K, P, Z

NY8315 12.5" H, 7" W, 7" Dp. 4.75" W x 5.5" H 6" 1-150W Med. Base or 40W CFL A, AC, B, K, P, Z

NY8316 14" H, 9" W, 8" Dp. 4.75" W x 5.5" H 7" 1-150W Med. Base or 40W CFL A, AC, B, K, P, Z

NY8317 20" H, 11" W, 10" Dp. 4.5" W x 9.25" H 10" 2-60W Cand. Base A, AC, B, K, P, Z

NY8318 22.5" H, 12.5" W, 11.5" Dp. 4.5" W x 9.25" H 10" 3-60W Cand. Base A, AC, B, K, P, Z

NY8339 29" H, 16" W, 15" Dp. 5.25" W x 12.5" H 12" 4-60W Cand. Base A, AC, B, K, P, Z

NY9042 21" H, 11" W x 11" Dp. - - 2-60W Cand. Base A, AC, B, K, P, Z

NY9043 23" H, 12.5" W, 12.5" Dp. - - 3-60W Cand. Base A, AC, B, K, P, Z

NY9045 29.5" H, 16" W, 16" Dp. - - 4-60W Cand. Base A, AC, B, K, P, Z

Outdoor hanging fixtures come with 12' of wire and 8' of chain.

Finishes Guide:

A=Antique Brass    AC=Aged Copper    B=Polished Brass    
K=Mystic Black    P=Pewter    Z=Medici Bronze
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Finish: Antique Brass 

Glass: Clear Beveled

S • O • L • I • D

BRASS

S • O • L • I • D

BRASS

Finish: Mystic Black 

Glass: Clear Beveled

The Newbury products on these pages represent a sampling 
of the 12 different styles offered in 6 different finishes.

Please refer to the chart on page 415 for dimensions 
and bulb/wattage information.

Ny8318K

Ny9045K

Ny1178A Ny9043A

ewbury
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O U T D O O R

Finish: Pewter 

Glass: Clear Beveled

S • O • L • I • D

COPPER

S • O • L • I • D

BRASS

Finish: Aged Copper 

Glass: Clear Beveled

TITLE
24

The Newbury products on these pages represent a sampling 
of the 12 different styles offered in 6 different finishes.

Please refer to the chart on page 415 for dimensions 
and bulb/wattage information.

Outdoor exposure will naturally darken the hue of copper products over time.

Ny8317P

Ny8316P

Ny1179AC

Ny1180AC
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HTr8408IB

C A S T

Aluminum

unter

          

          

          

          

         

            

                
         

FINIsH: 
imperial Bronze

GLAss: 
light Amber
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O U T D O O R

HTr9008IB

HTr8407IB

HTr8406IB

HTr1908IB

unter
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

HTR1908IB 19" H, 8.5" W, 8.5" Dp. 5" D - 1-150W Med. Base or 40W CFL

HTR8406IB 11.5" H, 6" W, 7" Dp. 4.625" D 2.5" 1-100W Med. Base or 23W CFL

HTR8407IB 15" H, 7.5" W, 8.5" Dp. 6" D 3" 1-100W Med. Base or 23W CFL

HTR8408IB 18.5" H, 8.5" W, 9.5" Dp. 7.125" D 3.5" 1-150W Med. Base or 40W CFL

HTR9008IB 21" H, 8.5" W, 8.5" Dp. - - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the end of any style 
number displaying the Title 24 logo. (Medium base bulbs only)
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5 YEAR WARRANTY

MBH8411K

NEW!

For � 2015

NEW! 

arblehead

        

             

            

            

       

            

            
             

FINIsH: 
K Mystic Black          PN Palladian Bronze

GLAss: 
Clear Seedy

ith a core-strengthening ingredient of
natural quarry stone crushed to a fine

powder and then mixed with a powerful blend of
latex and adhesives, Coastal Armour by Quoizel
creates the next generation of products by using
a material of extraordinary strength, durability
and beauty.

Our Coastal Armour composite material has
been tested to withstand extreme heat and 
brutal cold; it is non-corrosive (acid and 
alkali-resistant) and UV resistant – both 
properties that make it stronger than the 
best resin products.  That is why we are 
offering a 5 year warranty. Our unique synthetic 
composite formula allows us to fabricate our 
designs in high pressure injected steel molds
that produce a superior quality of detail while 
increasing surface durability.

Coastal Armour by Quoizel will ensure 
many years of enjoyment with our beautiful 
outdoor products.
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O U T D O O R

MBH9011K

MBH1911PN

MBH8409K

MBH8407PN TITLE
24

For � 2015

NEW! 

For � 2015

NEW! 

arblehead
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

MBH1911K/PN 18" H, 11" W, 11" Dp. 5" D - 3-60W Cand. Base

MBH8407K/PN 11" H, 7" W, 8" Dp. 4.5" W x 6.5" H 3" 1-100W Med. Base or 23W CFL

MBH8409K/PN 14.5" H, 9" W, 10" Dp. 5.5" W x 8" H 3.5" 3-60W Cand. Base

MBH8411K/PN 17.5" H, 11" W, 12" Dp. 5.5" W x 8" H 3.5" 3-60W Cand. Base

MBH9011K/PN 19" H, 11" W, 11" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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sNN8409K

5 YEAR WARRANTY

tonington

TITLE
24

             

          

                

                

                

         

            

            
             

FINIsH: 
K Mystic Black          PN Palladian Bronze

GLAss: 
Clear Water



425Q U O I Z E L . C O M

O U T D O O R

sNN8406K

sNN9009K

sNN1612PN

sNN1909PN

sNN8408PN

TITLE
24

TITLE
24

TITLE
24

TITLE
24

For � 2015

NEW! 

TITLE
24

tonington
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

SNN1612K/PN 6" H, 12" W, 12" Dp. 12" Sq. x 1" H - 2-60W Med. Base or 13W CFL

SNN1909K/PN 15" H, 9.5" W, 9.5" Dp. 5.125" D - 1-100W Med. Base or 23W CFL

SNN8406K/PN 10.5" H, 6.5" W, 7.5" Dp. 4.5" W x 6.5" H x 1" Dp. 3.5" 1-100W Med. Base or 23W CFL

SNN8408K/PN 13" H, 8" W, 9.5" Dp. 4.5" W x 6.5" H x 1" Dp. 3.5" 1-100W Med. Base or 23W CFL

SNN8409K/PN 15.5" H, 9.5" W, 10.5" Dp. 4.5" W x 8" H x 1" Dp. 2.5" 1-100W Med. Base or 23W CFL

SNN9009K/PN 16.5" H, 9.5" W, 9.5" Dp. - - 1-100W Med. Base or 23W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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FQ8414AW

ortQuinn

C A S T

Aluminum

              

              

            

           

       

             

            
             

FINIsH: 
AW Antique Brown   MK Marcado Black

GLAss: 
Amber Seedy
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O U T D O O R

FQ9011AW

5 YEAR WARRANTY

FQ8407MK

FQ8409MK

FQ8411AW

TITLE
24

TITLE
24

ortQuinn
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

FQ8407AW/MK 15" H, 7" W, 9" Dp. 4.75" W x 6.5" H 6.5" 1-100W Med. Base or 23W CFL

FQ8409AW/MK 19" H, 9" W, 11.5" Dp. 4.75" W x 8" H 8.5" 1-100W Med. Base or 23W CFL

FQ8411AW/MK 23" H, 11" W, 14.5" Dp. 4.75" W x 8" H 11" 3-60W Cand. Base

FQ8414AW/MK* 30" H, 14" W, 18" Dp. 7.125" W x 11" H 15" 4-60W Cand. Base

FQ9011AW/MK 19" H, 11" W, 11" Dp. - - 3-60W Cand. Base

*FQ8414AW/MK is not Costal Armour and is not covered by the 5 Year Warranty.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only
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FQ1931MK01

FQ1920MK01

ortQuinn

INDOOR
OUTDOOR

ortQuinn
PRODUCT DIMENSIONS BACKPLATE BULBS

FQ1920MK01* 41" H, 19" W, 19" Dp. 5" D 4-60W Cand. Base

FQ1931MK01* 52" H, 31" W, 31" Dp. 5" D 8-60W Cand. Base

Outdoor hanging fixtures come with 12’ of wire and 8’ of chain. *FQ1920MK01 and FQ1931MK01 is not Costal Armour and is not covered by the 5 Year Warranty.

FINIsH: 
Marcado Black



O U T D O O R

From the FORT QUINN COLLECTION:
FQ8407MK



430 Q U O I Z E L . C O M

S • O • L • I • D

BRASS

oAs8413P

asis

        

             

           

           

            

           

       

       

            

            
             

FINIsH: 
P Pewter   Z Medici Bronze

GLAss: 
Clear Beveled
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O U T D O O R

S • O • L • I • D

BRASS

TITLE
24

oAs8411Z

oAs8406Z

oAs8409Z

oAs9011Z

oAs9009P

oAs1909P

oAs8408P

asis
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

OAS1909P/Z 20" H, 9" W, 9" Dp. 5" D - 3-60W Cand. Base

OAS8406P/Z 17" H, 5.5" W, 7.5" Dp. 4.5" W x 6" H 8.5" 1-100W Med. Base or 23W CFL

OAS8408P/Z 21" H, 7.5" W, 9" Dp. 4.5" W x 6" H 9.5" 2-60W Cand. Base

OAS8409P/Z 23" H, 9" W, 11" Dp. 4.5" W x 6" H 9.5" 3-60W Cand. Base

OAS8411P/Z 26" H, 11" W, 12.5" Dp. 5.375" W x 8.25" H 11" 4-60W Cand. Base

OAS8413P/Z 33" H, 13" W, 15.5" Dp. 6" W x 10" H 14" 5-60W Cand. Base

OAS9009P/Z 23" H, 9" W, 9" Dp. - - 3-60W Cand. Base

OAS9011P/Z 26.5" H, 11" W, 11" Dp. - - 4-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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C A S T
Aluminum

Not Shown:

HY8407IBFL
HY8507IBFL
1-23W CFL

HY8409IBFL
HY8509IBFL
1-23W CFL

HY8513IBFL
1-23W CFL

TITLE
24

• CFL Spring Self-Ballasted 
GU 24

TITLE
24

Hy8413IB

armony

        

             

              

           

             

       

            

FINIsH: 
imperial Bronze

GLAss: 
Cream linen
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O U T D O O R

C A S T

Aluminum

TITLE
24

TITLE
24

Hy1911IB

Hy8407IB

Hy9011IB

Hy8411IB

Hy8409IB

armony
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

HY1911IB 20.5" H, 11" W, 11" Dp. 5" D - 3-60W Cand. Base

HY8407IB 10.5" H, 6.5" W, 8" Dp. 5" W x 8.75" H 2.38" 1-100W Med. Base or 23W CFL

HY8409IB 14" H, 9" W, 11" Dp. 5" W x 11.25" H 3" 1-150W Med. Base or 40W CFL

HY8411IB 17.5" H, 11" W, 13.5" Dp. 6" W x 13.5" H 4" 3-60W Cand. Base

HY8413IB 20.5" H, 13" W, 15.5" Dp. 6" W x 13.5" H 4" 1-150W Med. Base or 40W CFL

HY9011IB 20.5" H, 11" W, 11" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12’ of wire and 8’ of chain. 
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C A S T
Aluminum

TITLE
24

Not Shown:

HC1109IBFL
HC1909IBFL
1-23W CFL

HC1913IBFL
1-23W CFL

HC8406IBFL
HC8506IBFL
1-23W CFL

HC8407IBFL
HC8507IBFL
1-23W CFL

HC8409IBFL
HC8509IBFL
1-23W CFL

HC8411IBFL
HC8511IBFL
1-23W CFL

HC8413IBFL
HC8513IBFL
1-23W CFL

HC9011IBFL
HC9111IBFL
1-23W CFL

HC9013IBFL
1-23W CFL

HCE8409IBFL
HCE8509IBFL
1-23W CFL

HCE8411IBFL
HCE8511IBFL
1-23W CFL

• CFL Spring Self-Ballasted 
GU 24

TITLE
24

HC8413IB

illcrest

             

              

             

             

             

             

             

FINIsH: 
imperial Bronze

GLAss: 
Translucent linen
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O U T D O O R

C A S T
Aluminum

TITLE
24HC8409IB

TITLE
24HC8406IB

TITLE
24 HC8407IB

TITLE
24HCE8409IB

TITLE
24HCE8411IB

HC8411IB

illcrest
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

HC8406IB 9.5" H, 6" W, 7" Dp. 4.5" Sq. x .75" Dp. 2.5" 1-100W Med. Base or 23W CFL

HC8407IB 10" H, 7" W, 8" Dp. 7" H x 4.5" W 2.5" 1-150W Med. Base or 40W CFL

HC8409IB 12.5" H, 9" W, 10" Dp. 7" H x 4.5" W 2.75" 1-150W Med. Base or 40W CFL

HC8411IB 15.5" H, 11" W, 12" Dp. 7" H x 4.5" W 2.75" 1-150W Med. Base or 40W CFL

HC8413IB 17.5" H, 13" W, 14" Dp. 10" H x 4.5" W 2.75" 1-150W Med. Base or 40W CFL

HCE8409IB 20" H, 9" W, 10" Dp. 5" W x 13" H 6.5" 1-150W Med. Base or 40W CFL

HCE8411IB 25.5" H, 11" W, 12" Dp. 4.5" W x 16" H 8" 1-150W Med. Base or 40W CFL



From the HILLCREST COLLECTION
Wall Lantern: HC8413IB
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O U T D O O R

C A S T
Aluminum

TITLE
24HC9013IB

TITLE
24HC1612IB

TITLE
24 HC9011IB

TITLE
24HC1913IB

TITLE
24HC1909IB

illcrest

FINIsH: 
imperial Bronze

GLAss: 
Translucent linen

illcrest
PRODUCT DIMENSIONS CANOPY BULBS

HC1612IB 7" H, 11.5" W, 11.5" Dp. - 2-60W Med. Base or 13W CFL

HC1909IB 13" H, 9" W, 9" Dp. 4.5" L x 4.5" W 1-150W Med. Base or 40W CFL

HC1913IB 18" H, 13" W, 13" Dp. 4.5" L x 4.5" W 1-150W Med. Base or 40W CFL

HC9011IB 19" H, 11" W, 12" Dp. - 1-150W Med. Base or 40W CFL

HC9013IB 19.5" H, 13" W, 13" Dp. - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12’ of wire and 8’ of chain. 
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odge

TITLE
24 LDG8409K

C A S T
Aluminum

          

                

                

             

         

            

            
             

FINIsH: 
Mystic Black

GLAss: 
Clear Hammered
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O U T D O O R

TITLE
24 LDG8408K

TITLE
24 LDG9009K

LDG8406K TITLE
24

TITLE
24 LDG1909K

odge
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

LDG1909K 13.5" H, 9.5" W, 9.5" Dp. 5.12" D - 1-100W Med. Base or 23W CFL

LDG8406K 9" H, 6.5" W, 7.5" Dp. 4.37" W x 4.37" H x 1" Dp. 3.5" 1-100W Med. Base or 23W CFL

LDG8408K 10.5" H, 8" W, 9" Dp. 4.37" W x 4.37" H x 1" Dp. 3.5" 1-100W Med. Base or 23W CFL

LDG8409K 12.5" H, 9.5" W, 10.5" Dp. 4.5" W x 6.5" H 5" 1-100W Med. Base or 23W CFL

LDG9009K 16" H, 9.5" W, 9.5" Dp. - - 1-100W Med. Base or 23W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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angston

TITLE
24 LNG8411CHB

                  

                  

                  

                  

              

            

            
             

FINIsH: 
Chocolate Bronze

GLAss: 
Art and Clear Water Seedy
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O U T D O O R

TITLE
24 LNG9011CHB

LNG1911CHB TITLE
24

TITLE
24 LNG8407CHB

TITLE
24 LNG8409CHB

angston
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS GLASS

LNG1911CHB 16.5" H, 11" W, 11" Dp. 4.5" Sq. x 1" H - 1-100W Med. Base or 23W CFL Contains 12 Pieces of Art Glass

LNG8407CHB 9.5" H, 7" W, 8" Dp. 4.5" W x 6.5" H 3.5" 1-100W Med. Base or 23W CFL Contains 12 Pieces of Art Glass

LNG8409CHB 13" H, 9" W, 10" Dp. 4.5" W x 7" H 3.5" 1-100W Med. Base or 23W CFL Contains 12 Pieces of Art Glass

LNG8411CHB 15" H, 11" W, 12" Dp. 4.5" W x 7" H 3.5" 1-100W Med. Base or 23W CFL Contains 12 Pieces of Art Glass

LNG9011CHB 17" H, 11" W, 11" Dp. - - 1-100W Med. Base or 23W CFL Contains 12 Pieces of Art Glass

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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FINIsH: 
Mystic Black

GLAss: 
Clear Seedy

MHE8410K

illhouse



illhouse
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

MHE1910K 19" H, 10" W, 10" Dp. 5" D - 3-60W Cand. Base

MHE8406K 15.5" H, 7" W, 7.5" Dp. 4.5" W x 6" H 6" 1-100W Med. Base or 23W CFL

MHE8409K 18" H, 8" W, 9" Dp. 4.5" W x 6" H 8" 2-60W Cand. Base

MHE8410K 22" H, 10" W, 10.5" Dp. 5" W x 8" H 9.5" 3-60W Cand. Base

MHE9010K 21.5" H, 10" W, 10" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only) 443Q U O I Z E L . C O M

O U T D O O R

MHE8406K

MHE1910K

MHE9010K

MHE8409K



From the RUE DE ROYAL COLLECTION
Wall Lantern: RO8414AC       

        

        

          

        

        

       

            

            
             

           

The Charleston Copper Lantern Collection gives you the historic

look of gas lighting.  Charleston Copper Lanterns are all electric,

solid copper and hand riveted giving your home the romantic, 

reproduction style of antique gas lights still popular today on

many of the charming homes in Charleston and New Orleans.



uederoyale
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O U T D O O R

S • O • L • I • D

COPPER

ro1914AC

ro9014AC

ro8311AC

ro8411AC

ro8410AC TITLE
24

FINIsH: 
Aged Copper

GLAss: 
Clear

uederoyal
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

RO1914AC 29.5" H, 27.5" W, 27.5" Dp. 5" D - 4-60W Cand. Base

RO8311AC 23" H, 10.5" W, 13" Dp. 5" Sq. 10.5" 2-60W Cand. Base

RO8410AC 20.5" H, 9.5" W, 11" Dp. 5" Sq. 10.5" 1-100W Med. Base or 23W CFL

RO8411AC 22" H, 10.5" W, 13" Dp. 5" Sq. 10.5" 2-60W Cand. Base

RO8414AC 29" H, 13.5" W, 16" Dp. 5" Sq. 14" 4-60W Cand. Base

RO9014AC 26" H, 17" W, 17" Dp. - - 4-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Outdoor exposure will naturally darken the hue of copper products over time.
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S • O • L • I • D

COPPER

TITLE
24 CM8408AC CM1912AC

CM9012AC

CM8412AC

halmers

halmers
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

CM1912AC 26" H, 12" W, 12" Dp. 5.5" D - 3-60W Cand. Base

CM8408AC 15.5" H, 8" W, 9" Dp. 5.5" W x 8" H 8" 1-100W Med. Base or 23W CFL

CM8410AC 19" H, 10" W, 11.5" Dp. 5.5" W x 8" H 8" 2-60W Cand. Base

CM8412AC 23" H, 12" W, 13.5" Dp. 5.5" W x 8" H 11" 3-60W Cand. Base

CM9012AC 26" H, 12" W, 12" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Outdoor exposure will naturally darken the hue of copper products over time.

FINIsH: 
Aged Copper

GLAss: 
Clear



From the CHALMERS COLLECTION
Wall Lantern: CM8410AC    

O U T D O O R

The Charleston Copper Lantern Collection

gives you the historic look of gas lighting.

Charleston Copper Lanterns are all electric,

solid copper and hand riveted giving your

home the romantic, reproduction style of 

antique gas lights still popular today on 

many of the charming homes in Charleston

and New Orleans.
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Cor8412K TITLE
24

C A S T
Aluminum

ooper

             

             

              

               

         

            
             

FINIsH: 
CU Copper Bronze   K Mystic Black

GLAss: 
Clear Seedy
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O U T D O O R
TITLE
24 Cor1611K

Cor1611CU

Cor8410K TITLE
24

Cor8409K TITLE
24

TITLE
24 Cor9010K

TITLE
24

ooper
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

COR1611CU/K 10.5" H, 11.5" W, 11.5" Dp. 7" D x 1" H - 1-100W Med. Base or 23W CFL

COR8409K 17.5" H, 9" W, 11" Dp. 4" W x 5.5" H 12" 1-100W Med. Base or 23W CFL

COR8410K 21" H, 10" W, 12" Dp. 4.5" W x 7" H 13" 1-100W Med. Base or 23W CFL

COR8412K 24.5" H, 12" W, 13" Dp. 4.5" W x 8.5" H  13" 1-150W Med. Base or 40W CFL

COR9010K 18" H, 10" W, 10" Dp. - - 1-100W Med. Base or 23W CFL

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



450 Q U O I Z E L . C O M

arine

C A S T

Aluminum

VINTAGE STYLE
bulb included

MrE8410WT

         

            

                 

                 

                   

                

        

                       

            
             

FINIsH: 
Western Bronze

GLAss: 
Clear Seedy



451Q U O I Z E L . C O M

O U T D O O R

TITLE
24 MrE8409WT

TITLE
24 MrE9009WT

MrE1909WT

TITLE
24 MrE8406WT

MrE8408WT TITLE
24

C A S T
Aluminum

TITLE
24

MrE1506WT

INDOOR
OUTDOOR

VINTAGE STYLE
bulb included

arine
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

MRE1506WT 12" H*, 6" W, 6" Dp. 6" D - 1-60W Vintage Bulbs (Supplied)*

MRE1909WT 20" H, 9.5" W, 9.5" Dp. 6" D x .75" H - 1-60W Vintage Bulbs (Supplied)*

MRE8406WT 11.5" H, 6.5" W, 7" Dp. 5" W x 6.37" H x .75" Dp.  4" 1-60W Vintage Bulbs (Supplied)*

MRE8408WT 15" H, 8.5" W, 9" Dp. 4.75" W x 9" H x .75" Dp.  5" 1-60W Vintage Bulbs (Supplied)*

MRE8409WT 17" H, 9.5" W, 11" Dp. 4.75" W x 9" H x .75" Dp.    5.5" 1-60W Vintage Bulbs (Supplied)*

MRE8410WT 20" H, 11" W, 11.5" Dp. 4.75" W x 9" Oval    5.5" 3-40W Vintage Bulbs (Supplied)**

MRE9009WT 23" H, 11" W, 11" Dp. - - 1-60W Vintage Bulbs (Supplied)*

Outdoor hanging fixtures come with 12' of wire and 8' of chain. *Max Wattage: 100W Med. Base or 23W CFL. **Max Wattage: 60W Cand. Base.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



        

             

           

           

           

           

       

              

            
             452 Q U O I Z E L . C O M

FINIsH: 
imperial Bronze

GLAss: 
Clear Beveled

C A S T

Aluminum

DE8961IB

evon



evon
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

DE1490IB 31" H, 11" W, 11" Dp. 5.5" D 3-60W Cand. Base

DE8958IB 12.5" H, 7" W, 8.5" Dp. 4.75" W x 7.75" H 4" 1-150W Med. Base or 40W CFL

DE8959IB� 21" H, 9" W, 11" Dp. 5" W x 10" H 14" 2-60W Cand. Base

DE8960IB 26" H, 11" W, 14" Dp. 5" W x 12" H 17.5" 3-60W Cand. Base

DE8961IB 25" H, 11" W, 14" Dp. 5" W x 12" H 4" 3-60W Cand. Base

DE8976IB 21" H, 9" W, 11" Dp. 5" W x 10" H 5" 2-60W Cand. Base

DE9256IB 23" H, 11" W, 11" Dp. - - 3-60W Cand. Base

�Patent #D463,606. Outdoor hanging  fixtures come with 12' of wire and 8' of chain.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only) 453Q U O I Z E L . C O M

O U T D O O R

C A S T

Aluminum

TITLE
24

DE8976IB

DE1490IB

DE8959IB

DE8960IB

DE9256IB

DE8958IB



454 Q U O I Z E L . C O M

C A S T

Aluminum

TITLE
24

DE8309K

DE8407K

DE8409K

DE9011K

DE8411K

evon

           

          

          

          

              

            
             

evon
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

DE8309K� 21" H, 9" W, 11" Dp. 5" W x 10" H 14" 2-60W Cand. Base

DE8407K 12.5" H, 7" W, 8.5" Dp. 4.75" W x 7.75" H 4" 1-150W Med. Base or 40W CFL

DE8409K 21" H, 9" W, 11" Dp. 5" W x 10" H 5" 2-60W Cand. Base

DE8411K 25" H, 11" W, 14" Dp. 5" W x 12" H  4" 3-60W Cand. Base

DE9011K 23" H, 11" W, 11" Dp. - - 3-60W Cand. Base

�Patent #D463,606

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

FINIsH: 
Mystic Black

GLAss: 
Clear Beveled



455Q U O I Z E L . C O M

O U T D O O R

sFD8409GV

sFD1911GV

sFD8411IB TITLE
24

sFD8407IB TITLE
24

TITLE
24

TITLE
24

INDOOR
OUTDOOR

eaford

FINIsH: 
GV Galvanized  IB imperial Bronze

eaford
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

SFD1911GV/IB 8" H*, 11" W, 11" Dp. 5.75" D - 1-100W Med. Base or 23W CFL

SFD8407GV/IB 8.5" H, 7" W, 8.5" Dp. 5.75" D 4" 1-100W Med. Base or 23W CFL

SFD8409GV/IB 9" H, 9" W, 10.5" Dp. 5.75" D 5" 1-100W Med. Base or 23W CFL

SFD8411GV/IB 11" H, 11" W, 12.5" Dp. 5.75" D 5" 1-100W Med. Base or 23W CFL

Rod-hung fixtures come with 8' of wire. *Comes with (2) 6" and (2) 12" Rods.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

           

             

           

             

       

 

            
             



         

              

              

             

        

                         

            
             456 Q U O I Z E L . C O M

Finish: 
Western Bronze

GLAss: 
Clear Glass Panel

C A S T

Aluminum

VINTAGE STYLE
bulb included

RGE8411WT TITLE
24

idge



457Q U O I Z E L . C O M

o u t d o o r

idge
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

RGE1911WT 19" H, 11" W, 9.5" Dp. 4.375" D - 1-60W Vintage Bulb (Supplied)*

RGE8407WT 12.5" H, 7" W, 7" Dp. 4.5" W x 6.5" H  3.5" 1-60W Vintage Bulb (Supplied)**

RGE8409WT 16" H, 9" W, 8.5" Dp. 4.5" W x 7" H  5.5" 1-60W Vintage Bulb (Supplied)**

RGE8411WT 19" H, 11" W, 10.5" Dp. 5" W x 9" H 5.5" 1-60W Vintage Bulb (Supplied)*

RGE9011WT 21.5" H, 11" W, 9.5" Dp. - - 1-60W Vintage Bulb (Supplied)*

Outdoor hanging fixtures come with 12' of wire and 8' of chain. *Max Wattage: 150W Med. Base or 40W CFL. **Max Wattage: 100W Med. Base or 23W CFL.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

RGE1911WT

RGE8407WTTITLE
24

TITLE
24

RGE8409WTTITLE
24

RGE9011WTTITLE
24

C A S T

Aluminum



458 Q U O I Z E L . C O M

S • O • L • I • D

BRASS

Rj8414K

utledge

        

              

           

           

           

       

            

            
             

Finish: 
K Mystic Black  Z Medici Bronze

GLAss: 
Clear Beveled



459Q U O I Z E L . C O M

o u t d o o r

S • O • L • I • D

BRASS

TITLE
24

Rj1911K

Rj9011Z

Rj8411Z

Rj8407K

Rj8409Z

utledge
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

RJ1911K/Z 19.5" H, 11" W, 11" Dp. 5" D - 3-60W Cand. Base

RJ8407K/Z 15" H, 7" W, 8.5" Dp. 4.75" W x 7" H 7" 1-150W Med. Base or 40W CFL

RJ8409K/Z 19" H, 9" W, 10" Dp. 4.75" W x 9.5" H 9" 2-60W Cand. Base

RJ8411K/Z 24" H, 11" W, 12.5" Dp. 5" W x 9.5" H 11.5" 3-60W Cand. Base

RJ8414K/Z 29" H, 13.5" W, 15.5" Dp. 5" W x 12.5" H 14.5" 4-60W Cand. Base

RJ9011K/Z 20.5" H, 11" W, 11" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



460 Q U O I Z E L . C O M

BFD8410KTITLE
24

FoR � 2015

nEW! 

5 YEAR WARRANTY

edford

          

               

             

              

         

            

            
             

Finish: 
K Mystic Black  Pn Palladian Bronze

GLAss: 
Clear Seedy



461Q U O I Z E L . C O M

o u t d o o r

BFD1910K TITLE
24

BFD8407PnTITLE
24

BFD9010PnTITLE
24

BFD8408K TITLE
24

FoR � 2015

nEW! 

edford
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

BFD1910K/PN 18" H, 10" W, 10" Dp. 5.25" D - 1-150W Med. Base or 40W CFL

BFD8407K/PN 13" H, 7" W, 8" Dp. 5.5" W  x 6.75" H 3.75" 1-100W Med. Base or 23W CFL

BFD8408K/PN 15.5" H, 8.5" W, 9.5" Dp. 6.5" W x 8" H 3.75" 1-100W Med. Base or 23W CFL

BFD8410K/PN 18.5" H, 10" W, 11" Dp. 7.5" W x 9.25" H 4.25" 1-150W Med. Base or 40W CFL

BFD9010K/PN 19" H, 10" W, 10" Dp. - - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



462 Q U O I Z E L . C O M

BRn8410iB TITLE
24

C A S T
Aluminum

yron
VINTAGE STYLE
bulb included

         

            

            

            

            

        

                  

            
             

Finish: 
imperial Bronze

GLAss: 
Clear Beveled



463Q U O I Z E L . C O M

o u t d o o r

BRn8406iB

BRn8408iB

BRn1910iB TITLE
24

TITLE
24

TITLE
24

BRn9010iBTITLE
24

BRn8412iB TITLE
24

VINTAGE STYLE
bulb included

C A S T
Aluminum

yron
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

BRN1910IB 20.5" H, 10" W, 7" Dp. 4.25" Sq. - 1-60W Vintage Bulb (Supplied)*

BRN8406IB 12" H, 6.5" W, 5.5" Dp. 4" W x 5.75" H 3" 1-60W Vintage Bulb (Supplied)*

BRN8408IB 14.5" H, 8" W, 7" Dp. 4" W x 6.5" H 3.5" 1-60W Vintage Bulb (Supplied)*

BRN8410IB 18" H, 10" W, 8.5" Dp. 5" W x 9" H 5" 1-60W Vintage Bulb (Supplied)*

BRN8412IB 21.5" H, 12" W, 8.5" Dp. 5" W x 9" H 15" 2-60W Vintage Bulbs (Supplied)*

BRN9010IB 21" H, 10" W, 7" Dp. - - 1-60W Vintage Bulb (Supplied)*

Outdoor hanging fixtures come with 12' of wire and 8' of chain. *Max Wattage: 100W Med. Base or 23W CFL.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



464 Q U O I Z E L . C O M

VINTAGE STYLE
bulb included

sDn8409iBTITLE
24

C A S T

Aluminum

teadman

Finish: 
imperial Bronze

GLAss: 
Clear Seedy



465
Q U O I Z E L . C O M

o u t d o o r

VINTAGE STYLE
bulb included

sDn1908iB TITLE
24

sDn9008iBTITLE
24

sDn8407iBTITLE
24

C A S T

Aluminum

sDn1506iB

sDn8408iBTITLE
24

sDn8405iB TITLE
24

teadman
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

SDN1506IB 12" H*, 5.5" W, 5.5" Dp. 5" D - 1-60W Vintage Bulb (Supplied)*

SDN1908IB 21" H, 8.5" W, 8.5" Dp. 5" D - 1-60W Vintage Bulb (Supplied)*

SDN8405IB 12.5" H, 6" W, 7" Dp. 5.5" D 4.75" 1-60W Vintage Bulb (Supplied)*

SDN8407IB 16" H, 7" W, 8.5" Dp. 6.5" D 6" 1-60W Vintage Bulb (Supplied)*

SDN8408IB 19.5" H, 8" W, 10.5" Dp. 6.5" D 7.5" 1-60W Vintage Bulb (Supplied)*

SDN8409IB 23" H, 10" W, 11.5" Dp. 8.5" D 9" 2-60W Vintage Bulbs (Supplied)*

SDN9008IB 20.5" H, 8.5" W, 11.5" Dp. - - 1-60W Vintage Bulb (Supplied)*

Outdoor hanging fixtures come with 12' of wire and 8' of chain. *Max Watage: 100W Med. Base or 23W CFL.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



466 Q U O I Z E L . C O M

GLn8412iBTITLE
24

C A S T

Aluminum

alen

alen
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

GLN8412IB 14.5" H, 11.5" W, 10" Dp. 4.5" W x 7" H x 1" Dp. 4" 1-150W Med. Base or 40W CFL

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Finish: 
imperial Bronze

GLAss: 
umber linen



o u t d o o r

From the GALEN COLLECTION
GLN8409IB



468 Q U O I Z E L . C O M

C A S T

Aluminum

Enlarged for detail

GLn8410iBTITLE
24

GLn9010iB TITLE
24

GLn8407iBTITLE
24

GLn1910iBTITLE
24

GLn8409iB TITLE
24

alen

             

           

           

       

            

            
             

alen
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

GLN1910IB 13.5" H, 10" W, 10" Dp. 4.5" W x 4.5" H - 1-150W Med. Base or 40W CFL

GLN8407IB 7.5" H, 6.5" W, 6" Dp. 4.5" W x 5.5" H 3" 1-100W Med. Base or 23W CFL

GLN8409IB 10" H, 8.5" W, 7.5" Dp. 4.5" W x 7" H 3.5" 1-150W Med. Base or 40W CFL

GLN8410IB 12" H, 10" W, 8.5" Dp. 4.5" W x 7" H 3.5" 1-150W Med. Base or 40W CFL

GLN9010IB 15" H, 10" W, 7.5" Dp. - - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Finish: 
imperial Bronze

GLAss: 
umber linen



469Q U O I Z E L . C O M

o u t d o o r

CCR8410CU

CCR9010CU

CCR8406CUTITLE
24

CCR8408CU

hancellor

Finish: 
Copper Bronze

GLAss: 
Clear

hancellor
PRODUCT DIMENSIONS BACKPLATE HCWO BULBS

CCR8406CU 11.5" H, 5.5" W, 6.5" Dp. 4" W x 5" H 4" 1-100W Med. Base or 23W CFL

CCR8408CU 19" H, 8" W, 9" Dp. 5" W x 6" H 7.5" 2-60W Cand. Base

CCR8410CU 23.5" H, 10" W, 11" Dp. 5.5" W x 7.5" H 11" 3-60W Cand. Base

CCR9010CU 22" H, 10" W, 10" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



470 Q U O I Z E L . C O M

TDR8409PnTITLE
24

FoR � 2015

nEW! 

5 YEAR WARRANTY

udor

          

             

             

              

         

            

            
             

Finish: 
K Mystic Black  Pn Palladian Bronze

GLAss: 
Clear Seedy



471Q U O I Z E L . C O M

o u t d o o r

TDR9009PnTITLE
24

TDR8406Pn TITLE
24

TDR8408Pn TITLE
24

TDR1909K TITLE
24

FoR � 2015

nEW! 

udor
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

TDR1909K/PN 14.5" H, 9.5" W, 9.5" Dp. 5.12" D - 1-150W Med. Base or 40W CFL

TDR8406K/PN 10.5" H, 6.5" W, 7.5" Dp. 4.62" W x 6.5" H 2.75" 1-100W Med. Base or 23W CFL

TDR8408K/PN 12.5" H, 8" W, 9" Dp. 4.62" W x 6.5" H 2.75" 1-100W Med. Base or 23W CFL

TDR8409K/PN 15" H, 9.5" W, 10.5" Dp. 4.75" W x 8" H 2.75" 1-150W Med. Base or 40W CFL

TDR9009K/PN 16" H, 9.5" W, 9.5" Dp. - - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



472 Q U O I Z E L . C O M

TML8408K

rumbull

           

        

        

        

       

            

Finish: 
Mystic Black

GLAss: 
Clear Seedy



473Q U O I Z E L . C O M

o u t d o o r

TML9008K

TML8405K

TML8407K

TML1908K

rumbull
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

TML1908K 19" H, 8.5" W, 8.5" Dp. 5" D x 1" H 3-60W Cand. Base

TML8405K 14.5" H, 5.5" W, 6" Dp. 4.5" Sq. 9.5" 1-60W Cand. Base

TML8407K 18.5" H, 7" W, 8" Dp. 5" Sq. 12.5" 2-60W Cand. Base

TML8408K 22.5" H, 8.5" W, 9.5" Dp. 5.5" Sq. 15" 2-60W Cand. Base

TML9008K 21.5" H, 8.5" W, 8.5" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 



474 Q U O I Z E L . C O M

PRV8409K

C A S T
Aluminum

rovince

        

             

           

           

       

            

            
             

Finish: 
Mystic Black

GLAss: 
Clear Seedy



475Q U O I Z E L . C O M

o u t d o o r

PRV9009K

PRV8408K

PRV8406K

PRV1909K

C A S T

Aluminum

TITLE
24

rovince
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

PRV1909K 15.5" H, 9.5" W, 9.5" Dp. 4.5" Sq. - 3-60W Cand. Base

PRV8406K 15.5" H, 6.5" W, 8" Dp. 4.5" W x 6.5" H 6.75" 1-100W Med. Base or 23W CFL

PRV8408K 17.5" H, 8.5" W, 9.5" Dp. 4.5" W x 6.5" H 7" 2-60W Cand. Base

PRV8409K 19" H, 9.5" W, 10.5" Dp. 4.5" W x 7" H 7.5" 3-60W Cand. Base

PRV9009K 18" H, 9.5" W, 9.5" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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PWL8311WTTITLE
24

C A S T

Aluminum

owell

         

             

             

             

         

            
             

Finish: 
Western Bronze

GLAss: 
White Art



477Q U O I Z E L . C O M

o u t d o o r

PWL1613WT

PWL9009WTTITLE
24

PWL8309WT TITLE
24

PWL8307WT TITLE
24

TITLE
24

owell
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

PWL1613WT 6" H, 13" W, 13" Dp. - - 3-75W Med. Base or 18W CFL

PWL8307WT 13.5" H, 7" W, 5" Dp. 5" W x 9" H 8" 1-100W Med. Base or 23W CFL

PWL8309WT 17" H, 9" W, 5.5" Dp. 5" W x 9" H 11" 1-150W Med. Base or 40W CFL

PWL8311WT 20.5" H, 11" W, 6.5" Dp. 5" W x 11" H 13" 1-150W Med. Base or 40W CFL

PWL9009WT 20.5" H, 4.5" W, 9" Dp. - - 1-150W Med. Base or 40W CFL

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)



From the BAIN COLLECTION:
Wall Lantern: BAN8411K

           



479Q U O I Z E L . C O M

o u t d o o r

BAn8411K

ain

S • O • L • I • D

BRASS

Finish: 
Mystic Black

GLAss: 
Clear Beveled

ain
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

BAN8411K 22" H, 11" W, 10" Dp. 4.75" W x 7" H 7.75" 3-60W Cand. Base



480 Q U O I Z E L . C O M

BAn8407KTITLE
24

BAn9011K

BAn8409K

BAn1911K

S • O • L • I • D

BRASS

ain

 

           

           

            

              

 

  ain
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

BAN1911K 20.5" H, 11.5" W, 11.5" Dp. 5" D - 3-60W Cand. Base

BAN8407K 15" H, 7.5" W, 7" Dp. 4.5" W x 5.75" H 6.5" 1-100W Med. Base or 23W CFL

BAN8409K 18" H, 9.5" W, 8.5" Dp. 4.75" W x 7" H 7.5" 2-60W Cand. Base

BAN9011K 23" H, 11" W, 11" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Finish: 
Mystic Black

GLAss: 
Clear Beveled



481Q U O I Z E L . C O M

o u t d o o r

ole
Finish: Western Bronze

GLAss: etched

ephyr
Finish: Muted Bronze

GLAss: Frosted

ZP8418MD

ZP8414MD

CoE8305WT

INDOOR
OUTDOOR

Lumens 981
Total Watts 12W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

Lumens 1020
Total Watts 12W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

CoE8405WT

C A S T

Aluminum

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS/LIGHT SOURCE

COE8305WT 10" H, 5" W, 5" Dp. 4.5" W x 4.5" H 5" See LED Chart

COE8405WT 13" H, 5" W, 5.5" Dp. 4.5" W x 4" H 6.5" See LED Chart

ZP8414MD 14" H, 7" W, 5.5" Dp. 7" W x 14" H 4.5" 1-50W T4 Mini Can*

ZP8418MD 18" H, 9" W, 7" Dp. 9" W x 18" H  5.5" 1-50W T4 Mini Can*

*Bulbs supplied.



482 Q U O I Z E L . C O M

C A S T

Aluminum

GVR8410KTITLE
24

rover

          

             

             

             

         

            

            
             

Finish: 
Mystic Black

GLAss: 
Clear Water
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o u t d o o r
GVR1910K TITLE

24

GVR9010KTITLE
24

GVR8408K TITLE
24

GVR8406KTITLE
24

C A S T
Aluminum

rover
PRODUCT DIMENSIONS CANOPY/BACKPLATE BULBS

GVR1910K 17.5" H, 10.5" W, 10.5" Dp. 4.375" D 1-150W Med. Base or 40W CFL

GVR8406K 11" H, 6.5" W, 7.5" Dp. 4.5" W x 6.5" H 1-100W Med. Base or 23W CFL

GVR8408K 14.5" H, 8.5" W, 9.5" Dp. 4.5" W x 6.5" H 1-100W Med. Base or 23W CFL

GVR8410K 17.5" H, 10.5" W, 11.5" Dp. 4.5" W x 7.5" H 1-150W Med. Base or 40W CFL

GVR9010K 20.5" H, 10.5" W, 10.5" Dp. - 1-150W Med. Base or 40W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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CAR8414AC

S • O • L • I • D

COPPER

arleton

        

             

           

             

           

           

       

            

            
             

           

Finish: 
Aged Copper

GLAss: 
Clear Beveled
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o u t d o o r

CAR9011AC

CAR1801AC

CAR8728ACTITLE
24

CAR8730AC

CAR8406ACTITLE
24

S • O • L • I • D

COPPER

CAR8729AC

arleton
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

CAR1801AC 17.5" H, 9" W, 9" Dp. 5.5" D - 3-60W Cand. Base

CAR8406AC 11.5" H, 5.5" W, 7" Dp. 4.75" W x 5.5" H 5.38" 1-100W Med. Base or 23W CFL

CAR8414AC 34.5" H, 13.5" W, 16" Dp. 4.75" W x 14.25" H 17.5" 4-60W Cand. Base

CAR8728AC 18" H, 7" W, 8.5" Dp. 4.75" W x 14.25" H 8" 1-150W Med. Base or 40W CFL

CAR8729AC 23" H, 9" W, 10" Dp. 4.75" W x 18.25" H 12" 3-60W Cand. Base

CAR8730AC 27" H, 11" W, 12.5" Dp. 4.75" W x 18.25" H 14.5" 4-60W Cand. Base

CAR9011AC 21" H, 11" W, 11" Dp. - - 4-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)

Outdoor exposure will naturally darken the hue of copper products over time.
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eorgetown

C A S T
Aluminum

GT8982iB

        

              

             

           

       

            

            
             

Finish: 
imperial Bronze

GLAss: 
Clear Beveled
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o u t d o o r

GT8981iB

GT1700iB

GT8980iBTITLE
24

GT9294iB

C A S T

Aluminum

eorgetown
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

GT1700IB 17" H, 10" W, 10" Dp. 5.5" D - 3-60W Cand. Base

GT8980IB 13" H, 7.5" W, 9" Dp. 5" W x 7.5" H 4" 1-150W Med. Base or 40W CFL

GT8981IB 18" H, 10" W, 12" Dp. 5.25" W x 10.5" H  8.5" 3-60W Cand. Base

GT8982IB 24" H, 13" W, 15" Dp. 5.75" W x 13" H 7" 4-60W Cand. Base

GT9294IB 19" H, 11" W, 11" Dp. - - 3-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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C A S T

Aluminum

CTD8410iB TITLE
24

ortland

 

         

              

              

              

         

         

            
             

Finish: 
imperial Bronze

GLAss: 
Clear Water
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o u t d o o r

CTD8408iB TITLE
24

CTD9010iBTITLE
24

CTD1612iBTITLE
24

CTD8407iB TITLE
24

C A S T

Aluminum

ortland
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

CTD1612IB* 6.5" H, 12" W, 12" Dp. - - 2-60W Med. Base or 13W CFL

CTD8407IB 12" H, 7" W, 5.5" Dp. 4.5" W x 7" H 7.5" 1-100W Med. Base or 23W CFL

CTD8408IB 15" H, 8" W, 6" Dp. 4.5" W x 8" H 9.75" 1-100W Med. Base or 23W CFL

CTD8410IB 19" H, 10" W, 7.5" Dp. 5" W x 9" H 12.25" 1-150W Med. Base or 40W CFL

CTD9010IB 21.5" H, 10" W, 7" Dp - - 1-150W Med. Base or 40W CFL

*The CTD1612IB is not made of cast a l uminum.

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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BRY8409PnTITLE
24

radley

          

             

             

              

          

            

            
             

Finish: 
Palladian Bronze

GLAss: 
Clear Seedy
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o u t d o o r

BRY1909Pn TITLE
24

BRY8406Pn TITLE
24

BRY9009PnTITLE
24

BRY8408Pn TITLE
24

radley
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

BRY1909PN 15" H, 9.5" W, 9.5" Dp. 5" D - 1-100W Med. Base or 23W CFL

BRY8406PN 12.5" H, 6.5" W, 9" Dp. 4.5" W x 6.5" H 5" 1-100W Med. Base or 23W CFL

BRY8408PN 15" H, 8" W, 9.5" Dp. 4.5" W x 6.5" H 5" 1-100W Med. Base or 23W CFL

BRY8409PN 17.5" H, 9.5" W, 11.5" Dp. 5" W x 8" H 7.5" 1-100W Med. Base or 23W CFL

BRY9009PN 17.5" H, 9.5" W, 9.5" Dp. - - 1-100W Med. Base or 23W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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CAn8411WB

arson

        

              

             

           

       

            

            
             

Finish: 
Weathered Bronze

GLAss: 
Clear Seedy
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o u t d o o r

CAn9011WB

CAn1911WB

CAn8407WBTITLE
24

CAn8409WB TITLE
24

arson
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

CAN1911WB 17.5" H, 11" W, 11" Dp. 5" D - 2-60W Cand. Base

CAN8407WB 10.5" H, 7" W, 7.5" Dp. 4.5" W x 5" H 3" 1-100W Med. Base or 23W CFL

CAN8409WB 13.5" H, 9" W, 10" Dp. 4.5" W x 5" H 4.5" 1-100W Med. Base or 23W CFL

CAN8411WB 16" H, 11" W, 12" Dp. 5" W x 6.5" H 6" 2-60W Cand. Base

CAN9011WB 18.5" H, 11" W, 11" Dp. - - 2-60W Cand. Base

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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C A S T

Aluminum

Chi8413iB

himera

          

               

               

               

            

         

            

            
             

Finish: 
imperial Bronze

GLAss: 
Clear Water
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o u t d o o r

Chi9011iBTITLE
24

Chi8411iB TITLE
24

Chi1911iB TITLE
24

Chi8407iBTITLE
24

Chi8409iB TITLE
24

himera
PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

CHI1911IB 19" H, 11" W, 11" Dp. 5" D - 1-100W Med. Base or 23W CFL

CHI8407IB 15.5" H, 7" W, 9.5" Dp. 4.5" W x 6.5" H  6" 1-100W Med. Base or 23W CFL

CHI8409IB 19.5" H, 9" W, 11.5" Dp. 5" W x 7.5" H  6" 1-100W Med. Base or 23W CFL

CHI8411IB 22.5" H, 11" W, 13.5" Dp. 5" W x 7.5" H  7.5" 1-100W Med. Base or 23W CFL

CHI8413IB 28" H, 13" W, 16" Dp. 7" W x 11" H 11" 4-60W Cand. Base

CHI9011IB 21.5" H, 10.5" W, 10.5" Dp. - - 1-100W Med. Base or 23W CFL

Outdoor hanging fixtures come with 12' of wire and 8' of chain. 

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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lto
Finish: Western Bronze

GLAss: Clear Seedy

RYD8408WT

yland
Finish: Western Bronze

shADE: opal etched

Lumens 639
Total Watts 21W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

Lumens 407
Total Watts 15W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

RYD8410WT

Lumens 383
Total Watts 10W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

Lumens 749
Total Watts 21W
Color Rendering Index (CRI) 80
Color Temperature (CCT) 3000K
Dimmable YES

ALT8405WT

ALT8407WT

             

             

          

          

            
             

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO LIGHT SOURCE

ALT8405WT 15" H, 5.5" W, 5.5" Dp. 4.5" W x 6.5" H 7.5" See LED Chart

ALT8407WT 20" H, 7" W, 7" Dp. 5" W x 8.5" H 8" See LED Chart

RYD8408WT 13" H, 8" W, 4" Dp. 4.75" W x 4.75" H 11" See LED Chart

RYD8410WT 16.5" H, 10" W, 4" Dp. 4.75" W x 4.75" H 14.5" See LED Chart
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o u t d o o r

ilan
Finish: Mystic Black

shADE: opal etched

C A S T
Aluminum

INDOOR
OUTDOOR

ewEngland
Finish: Palladian Bronze

shADE: Acid etched

MLn8309K TITLE
24

MLn8307KTITLE
24

nA8409PnTITLE
24

nA8414PnTITLE
24

FoR � 2015

nEW! 

C A S T

Aluminum

PRODUCT DIMENSIONS CANOPY/BACKPLATE HCWO BULBS

MLN8307K 14" H, 7" W, 4" Dp. 4.5" D x 13" H 5" 1-100W Med. Base or 23W CFL

MLN8309K 16.5" H, 9" W, 5.5" Dp. 5.75" D x 15.5" H 7" 1-100W Med. Base or 23W CFL

NA8409PN 9.5" H, 9.5" W, 10" Dp. 5.25" D 4.5" 1-100W Med. Base or 23W CFL

NA8414PN 11.5" H, 14.5" W, 15.5" Dp. 7" D 5.5" 1-100W Med. Base or 23W CFL

To order Title 24 Compliant outdoor fixtures, please add “FL” to the 
end of any style number displaying the Title 24 logo. (Medium base bulbs only)
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Q U O I Z E LccESSORIES

9006EXAN, 9012EXAN Antique Nickel

9006EXBA, 9012EXBA Royal Ebony

9006EXBE Bergamo

9006EXBN, 9012EXBN Brushed Nickel

9006EXC, 9012EXC Polished Chrome

9006EXCC, 9012EXCC Copper Canyon

9006EXDC, 9012EXDC Dark Cherry

9006EXDK, 9012EXDK Darkest Bronze

9006EXES, 9012EXES Empire Silver

9006EXGV, 9012EXGV Galvanized

9006EXIB, 9012EXIB Imperial Bronze

9006EXIF, 9012EXIF Italian Fresco

9006EXIN01, 9012EXIN01 Iron Gate

9006EXIS, 9012EXIS Imperial Silver

9006EXK, 9012EXK Mystic Black (matte)

9006EXK01, 9012EXK01 Mystic Black (glossy)

9006EXMB, 9012EXMB Mottled Black

9006EXMC, 9012EXMC Mottled Cocoa

9006EXML, 9012EXML Malaga

9006EXMM, 9012EXMM Mottled Silver

9006EXOM, 9012EXOM Ombra

9006EXOS, 9012EXOS Old Silver

9006EXOZ1, 9012EXOZ1 Old Bronze

9006EXPN, 9012EXPN Palladian Bronze

9006EXRC, 9012EXRC Renaissance Copper

9006EXRK, 9012EXRK Rustic Black

9006EXRS, 9012EXRS Russet

9012EXTB Terra Bronze

9006EXTM, 9012EXTM Teco Marrone

9006EXVA, 9012EXVA Valiant Bronze

9006EXVB, 9012EXVB Vintage Bronze

9006EXVG, 9012EXVG Vintage Gold

9006EXWS, 9012EXWS Weathered Brass

9006EXWT, 9012EXWT Western Bronze

9016EXPN (16" L) Palladian Bronze

9006EX
6" H, .5" W, .5" Dp.

9012EX
12" H, .5" W, .5" Dp.

Darkest Bronze

Imperial Bronze

Iron Gate

Mystic Black (matte)

Mottled Black

Mottled Silver

Vintage Gold

Weathered Brass

MINI PENDANT RODS
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a c c e s s o r i e s

9007EXAN, 9008EXAN Antique Nickel

9007EXBN01, 9008EXBN01 Brushed Nickel

9007EXC, 9008EXC Polished Chrome

9007EXCC, 9008EXCC Copper Canyon

9007EXIS, 9008EXIS Imperial Silver

9007EXMM, 9008EXMM Mottled Silver

9007EXOS, 9008EXOS Old Silver

9007EXPN, 9008EXPN Palladian Bronze

9007EXRK, 9008EXRK Rustic Black

9007EXVA, 9008EXVA Valiant Bronze

9007EXWS, 9008EXWS Weathered Brass

9007EXWT, 9008EXWT Western Bronze

9106EXBN, 9112EXBN Brushed Nickel

9007EX, 9106EX
6" H, 1" W, 1" Dp.

9008EX, 9112EX
12" H, 1" W, 1" Dp.

Antique Nickel

Brushed Nickel

Imperial Silver

Palladian Bronze

Western Bronze

SW2016X

Finish Sample
Guide
Quoizel lamps, lighting 
fixtures and mirrors are 
created in a variety of 
decorative finishes. 
Finish samples are 
available upon request.
Please contact your sales 
representative for details.



PRODUCT DIMENSIONS FINISH

PM9300IB/K/Z 3.5" H, 6" W, 6" Dp. IB = Imperial Bronze  K = Mystic Black  Z = Medici Bronze

PO9110IB/Z 84" H, 3" W, 3" Dp. IB = Imperial Bronze  Z = Medici Bronze

500 Q U O I Z E L . C O M

Q U O I Z E LccESSORIES

Pier 

Mounts

For Ground Mounting:
Please order post 
(PO9110 followed by a 
finish code). 

For Column Mounting:
Please order pier mount 
(PM9300 followed by a 
finish code).

Please note: 
The post does not fit 
into the pier mount.

Post 

Mounts

PM9300IB

PM9300K

Enlarged for detail

PM9300Z

PO9110IB

PO9110Z

OuTDOOR lIghTINg



                  

             

PRODUCT DIMENSIONS FINISH

PO9120IB/K/Z 84" H, 3" W, 3" Dp. IB = Imperial Bronze  K = Mystic Black  Z = Medici Bronze

PO9130IB/K/Z 84" H, 3" W, 3" Dp. IB = Imperial Bronze  K = Mystic Black  Z = Medici Bronze

PO9140IB/K/Z 81" H, 12" W, 12" Dp. IB = Imperial Bronze  K = Mystic Black  Z = Medici Bronze

501Q U O I Z E L . C O M

a c c e s s o r i e s

Post Mounts
P09120 – Round Post
P09130 – Fluted Post

Round post detail

Fluted post detail

Post & 

skirt

PO9120IB

PO9120K

PO9120Z

PO9140IB

Enlarged for detail

PO9130IB

PO9130K

PO9130Z

PO9140K

PO9140Z
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A

ABN5006RK ................161, 163

ABN5012RK.......................163

ABN5024RK.......................162

ABN5303RK.......................163

ADS1504DC..................40, 322

ADS1615DC..................42, 348

ADS1715DC..................42, 336

ADS2818DC.............41, 42, 308

ADS5005DC ........................40

ADS5009DC ........................39

ADS5015DC ........................38

ADS639DC ...................39, 189

ADS8701DC..................40, 359

AG711TVA.........................275

AL182ES...........................340

AL182PN ..........................340

AL183ES...........................340

AL183PN ..........................340

AL184ES...........................340

AL184PN ..........................340

ALT8405WT.......................496

ALT8407WT.......................496

ALZ1404PN ..................45, 355

ALZ1507PN ..................45, 322

ALZ1718PN ..................45, 336

ALZ2823PN ..................45, 308

ALZ5005PN.........................44

ALZ5009PN.........................43

ALZ5105PN.........................44

ALZ8601PN ..................46, 362

ALZ8602PN ..................46, 362

ALZ8603PN .......46, 47, 362, 363

ALZ8604PN ..................46, 362

AMB2822VG .................49, 308

AMB5005VG........................49

AMB5009VG........................48

AMB5303VG........................49

AME5005IB.........................51

AME5009IB.........................51

AME5018IB.........................50

AME5303IB.........................51

AME8701IB ..................51, 359

AN8539ES.........................364

AN8540ES.........................364

AN8541ES.........................364

ANR5006IB .......................176

ANR5010IB .......................176

AR1899IB .........................258

AR1900IB .........................258

AR1901BN ........................258

AR1902IB .........................258

AR1903IB .........................258

AR1904BN ........................258

ARL2818PN ................275, 314

ATM5005K ........................172

ATM5304K ........................173

AX2820PN ..................124, 309

AX2826PN ..................124, 309

AX434PN....................124, 196

AYR8602BN.......................366

AYR8603BN ................366, 367

AYR8604BN.......................366

B

BAN1911K ........................480

BAN8407K ........................480

BAN8409K ........................480

BAN8411K ..................478, 479

BAN9011K ........................480

BDR2820IB...........267, 312, 313

BDR5006IB .......................173

BFD1910K.........................461

BFD1910PN.......................461

BFD8407K.........................461

BFD8407PN.......................461

BFD8408K.........................461

BFD8408PN.......................461

BFD8410K.........................460

BFD8410PN.......................461

BFD9010K.........................461

BFD9010PN.......................461

BGT8602BN.......................365

BGT8603BN.......................365

BGT8604BN.......................365

BMT1617C..................148, 348

BND1613BA.......................345

BND1818BA.......................306

BRG5204WT......................174

BRG5206WT......................174

BRN1910IB .......................463

BRN8406IB .......................463

BRN8408IB .......................463

BRN8410IB .......................462

BRN8412IB .......................463

BRN9010IB .......................463

BRO1715MK ...............131, 337

BRO5203MK......................131

BRO5204MK......................131

BRX1614C ..................146, 348

BRX1619C............146, 347, 348

BRX1626C ..................146, 348

BRX2818C ..................146, 311

BRY1909PN.......................491

BRY8406PN.......................491

BRY8408PN.......................491

BRY8409PN.......................490

BRY9009PN.......................491

BWL1508CC ......................316

BWL1717CC ......................331

BWL2816CC ......................305

BWL2822CC ......................305

BWR8602BN......................368

BWR8603BN......................368

BWR8604BN......................368

C

CAN1911WB......................493

CAN8407WB......................493

CAN8409WB......................493

CAN8411WB......................492

CAN9011WB......................493

CAR1801AC.......................485

CAR8406AC.......................485

CAR8414AC.......................484

CAR8728AC.......................485

Q U O I Z E LNDEx
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i N D e X

CAR8729AC.......................485

CAR8730AC.......................485

CAR9011AC.......................485

CBN1612LT.................126, 348

CBN5202LT .......................126

CBN5204LT .......................126

CCR8406CU.......................469

CCR8408CU.......................469

CCR8410CU.......................469

CCR9010CU.......................469

CDY1508BN.......................317

CDY1714BN.......................329

CDY2814BN.......................307

CHB1612DK ................270, 350

CHB5204DK ................259, 270

CHB5206DK.......................270

CHB5208DK.......................270

CHI1911IB.........................495

CHI8407IB.........................495

CHI8409IB.........................495

CHI8411IB.........................495

CHI8413IB.........................494

CHI9011IB.........................495

CKCF1508OS...............283, 324

CKCF1714OS...............283, 338

CKCF1717OS...............283, 339

CKCF1720OS...............283, 339

CKCF2816OS...............283, 314

CKCF2822OS ........281, 282, 314

CKCF2825OS...............282, 314

CKCF339OS ................196, 282

CKCF6330OS .....................282

CKGN1509MZ..............288, 324

CKMO1716BN..............284, 339

CKMO2820BN..............284, 314

CKMO5003BN..............284, 285

CKMS1716TM..............287, 339

CKMS2822TM..............287, 314

CKMS442TM.........196, 286, 287

CKNK1509BV...............288, 324

CKSN1507AR ..............288, 324

CKUT1921.........................288

CLE8602BN .......................369

CLE8603BN .......................369

CLE8604BN .......................369

CLT1714BN .......................333

CLT5004BN .......................186

CM1912AC........................446

CM8408AC........................446

CM8410AC........................447

CM8412AC........................446

CM9012AC........................446

COE8305WT ......................481

COE8405WT ......................481

COR1611CU ......................449

COR1611K ........................449

COR8409K ........................449

COR8410K ........................449

COR8412K ........................448

COR9010K ........................449

CP2820IB..........................306

CP5006IB..........................180

CPN5004EG.......................185

CPN5006EG.......................185

CRA1717MC......................332

CRA2822MC......................303

CRA2826MC......................303

CRE5004FR.......................167

CRE5008FR.......................167

CS1718RK ..................127, 337

CS5006RK ........................127

CS5012RK ........................127

CTD1612IB........................489

CTD8407IB........................489

CTD8408IB........................489

CTD8410IB........................488

CTD9010IB........................489

CTL1722GK .......................334

CTN1506IB........................316

CTN1506VG.......................316

CTN2817IB........................302

CTN2817VG.......................302

CTN2822IB........................302

CTN2822VG ................301, 302

CWN8305IB ................274, 359

CY1722PN ........................328
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