




AREA / SITE

PCPAE Series

Series Wattage Lumens Distribution Finish

PCPAE
125 - 16 LEDs, 123w 
180 - 24 LEDs, 181w

11150 - 11260 
16360 - 16510

3 - Type 3 
5 - Type 5

BZ - Bronze 

ECONOMY SERIES PARKING/SITE LUMINAIRE

The PCPAE Series is designed for parking and area lighting 
applications utilizing high power LEDs, capable of replacing up 
to 400W traditional HID luminaires. The PSPAE is offered in 
11,000 lumen and 16,000 lumen versions, available with Type 
3 and Type 5 optics. 

TYPE 3 (PCPAE-125-3) TYPE 5 (PCPAE-125-5)
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AREA / SITE

TYPE 3 (PCPAS-90-3) TYPE 5 (PCPAS-90-5)

PCPA Series

The PCPAS and PCPAL Series is designed for  
parking and area lighting applications utilizing high  
power LEDs, capable of replacing up to 400W traditional HID 
luminaires. The PSPAS is offered in 8,000 lumen versions. The 
PSPAL is offered in 14,000 lumen and 18,000 lumen versions. 
All models  available with Type 3 and Type 5 optics. 

PERFORMANCE SERIES 

PARKING/SITE LUMINAIRE

MTO

Series Wattage Lumens Distribution Finish Options

PCPAS - Parking Area Small 
PCPAL - Parking Area Large

90 - 30 LEDs, 90w 
135 - 64 LEDs, 135w 
180 - 80 LEDs, 180w

7900 - 8100 
13740 -14950 
17150 - 18670

3 - Type 3 
5 - Type 5  
     Square

BZ - Bronze 
BL - Black 
GN - Green

Blank 
P - Photocell
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AREA / SITE

PCADS/PCADL Series

Series Size Wattage Distribution Finish Options

PCAD S - Small 
L - Large

55 - Small or Large 
80 - Small or Large 
80 - Large

3 - Type 3 
5 - Type 5

BZ - Bronze 
BL - Bronze 
GN - Green

Blank 
P - Photocell 
CR - Cast Rings

DESIGNER SERIES PARKING/SITE LUMINAIRE

The PCADS and PCADL series is designed  for parking and area 
lighting applications utilizing high power LEDs while providing 
contemporary aesthetics. The PSADS/PCADL is offered in 
4,800 lumen, 6,800 lumen and 9,800 lumen versions. All 
models available with Type 3 and Type 5 optics. 

TYPE 3 (PCADS-80-3)
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AREA / SITE

Poles
Constructed with exacting standards both our aluminum and steel products meet strict 
guidelines for quality, strength and finish durability. Protecting your investment for years is 
our Lektrocote® powder paint finish, available in bronze, black and textured green, From 
shaft cutting through finishing, quality control inspections are conducted throughout a highly 
automated process.

Series Construction Shaft Sizes Wall Thickness Lengths 

SSS-P Square Straight Steel 4”, 5”, 6” 11 GA, 7 GA, 3 GA 10 – 40 ft

RSS-P Round Straight Steel 3”, 4”, 4.5”, 5”, 6” 11 GA, 7 GA, 3 GA  8 – 30 ft 

STS-P Square Tapered Steel 5” – 9” 11 GA, 7 GA 20 – 50 ft

RTS-P Round Tapered Steel 5” – 12” 11 GA, 7 GA 10 – 60 ft

Steel Products

Series Construction Shaft Sizes Wall Thickness Lengths 

SSS-P Square Straight Steel 4”, 5”, 6” .125”, .188”, .250” 10 – 40 ft

RSS-P Round Straight Steel 3”, 4”, 4.5”, 5”, 6” .125”, .188”, .250” 8 – 30 ft 

RTS-P Round Tapered Steel 4” – 8”  .125”, .188”, .220”, .250” 8 – 40 ft 

Aluminum Products

Commercial Garage / Surface LED
Product No. Finish Lamp Size

PCOGS-50LED-82

Metallic Grey

15 LEDs, 53w, 4383 
lumens

12.5" w., 5.21" ht., 12.01" d.

PCOGS-75LED-82
21 LEDs, 73w, 6040 
lumens

PCOGS-50LED-MS-82
15 LEDs, 53w, 4383 
lumens

PCOGS-75LED-MS-82 
Motion Sensor

21 LEDs, 73w, 6040 
lumensPC0GS-75LED-MS-82

PCOGS-50LED-82

RSS-P

SSS-P
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AREA / SITE

Series Wattage Distribution Finish Options Lumens

PCPTD 80 -  
36 LEDs, 80w

3 - Type 3 
5 - Type 5 
     Round Wide

BZ - Bronze 
BL - Black 
GN - Green

Blank 
P - Photocell 
FG - Frosted Acrylic Globe

6440 - 6950

Size: 18-7/16" w., 36" h.

LED Post Top Designer

PCPTD

MTO
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AREA / SITE

Series Wattage Distribution Finish Options

PCPTS 80 - 36 LEDs,  
      80w

3 - Type 3 
5 - Type 5  
     Round Wide

BZ - Bronze 
BL - Black 
GN - Green

Blank 
P - Photocell

Size: 25-1/2" w., 24-1/4" h.

MTOLED Post Top Shade

PCPTS

Series Wattage Distribution Finish Options Lumens

PCPTG 55 - 24 LEDs, 55w 3 - Type 3 
5 - Type 5  
     Round Wide

BZ - Bronze 
BL - Black 
GN - Green

Blank  
P - Photocell 
MB - Metal band 

3600 - 4000

MTO
LED Post Top Globe

Size: 16-3/5" w., 25" h.

PCPTG
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AREA / SITE

Series Wattage Distribution Finish Options

PCPTT 27 - 24 LEDs, 27w 
80 - 36 LEDs, 80w

3 - Type 3 
5 - Type 5 Round Wide

BZ - Bronze 
BL - Black 
GN - Green

Blank 
P - Photocell 

Size: 10-3/4" w., 21-3/4" h.

LED Post Top Traditional

PCBOR PCBOS

PCPTT

MTO

Series Wattage Finish

PCBOR - Bollard Round  
PCBOS - Bollard Square

ASY - 12 LEDs, 31w 
SYM - 24 LEDs, 46w

BZ - Bronze 
BL - Black

Size: Round - 6.75" sq., 42" h.  Square - 7" diam., 42" h.

Walkway Lighting MTO
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AREA / SITE

Series Wattage Distribution Finish Options

PCPTT 27 - 24 LEDs, 27w 
80 - 36 LEDs, 80w

3 - Type 3 
5 - Type 5 Round Wide

BZ - Bronze 
BL - Black 
GN - Green

Blank 
P - Photocell 

PCPMH

Series Wattage Distribution Finish Options

PCPMH 100 - 100w Metal Halide 
150 - 100w Metal Halide 
250 - 250w Metal Halide 
420 - 400w Metal Halide

3 - Type 3 
5 - Type 5

BZ - Bronze 
BL - Black

Blank 
L - Lamp Included

MTOHID Area Shoe Box
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AREA / SITE

ASCE7-05 WIND MAP

NOTES:
• Values are based on 50 year mean recurrence interval 30’ 

above grade.
• Hawaii has an 105 mph wind velocity.
• Puerto Rico has a 125 mph wind velocity.
• Caution must be exercised in determining wind velocities 

in special wind areas such as:
Mountainous Regions
Areas surrounding the Great Lakes or other large bodies 
of water or open land.
Areas subject to extreme wind conditions, such as 
hurricanes, typhoons, cyclones, and tornadoes.
Areas adjacent to airports.
Any specific area with a known or suspected abnormally 
high intermittent wind condition caused by geography, 
adjacent structures, or other specific local conditions 
that may not be recorded in National Weather Service 
records.

• Allowable pole EPA for jobsite wind conditions must be 
equal to or greater than fixture EPA. Responsibility lies with 
the specifier for correct pole selection based on AASHTO 
wind map and job location.

• The Wind Map is intended only as a general guide. Always 
consult local authorities to determine maximum wind 
velocities, gusting and unique wind conditions for each 
specific application.

• CAUTION: Wind speeds and listed EPAs are for ground 
mounted installations. Poles mounted on structures (such 
as bridges and buildings) must consider vibration and 
coefficient of height factors beyond this general guide. 
Consult AASHTO standards.

• Extreme Wind Events: Hurricanes, Typhoons, Cyclones, or 
Tornadoes expose poles to flying debris, wind shear, and 
other unpredictable aerodynamic forces not indicated by 
the wind velocity ratings. 

• Pole Strength Limited Warranty: Standard, unmodified Kim 
lighting Poles installed as recommended, undamaged by 
corrosion, or lack of maintenance, shall withstand steady 
wind conditions as provided on page 2 (Allowable Pole 
EPA). Installation of poles without luminaires, or attachment 
of any unauthorized accessories to poles shall void this 
warranty.
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90
100
110
120
130

130

140

140
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150
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(Consult Local Authorities)
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Note: 

Florida Building Code may 

supercede national map.
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AREA / SITE

Wind Map Notes
• Values are based on 50 year mean recurrence interval 30’ 

above grade.

• Hawaii has an 105 mph wind velocity.

• Puerto Rico has a 125 mph wind velocity.

• Caution must be exercised in determining wind velocities in 

special wind areas such as:

• Mountainous Regions

• Areas surrounding the Great Lakes or other large bodies of 

water or open land.

• Areas subject to extreme wind conditions, such as 

hurricanes, typhoons, cyclones, and tornadoes.

• Areas adjacent to airports.

• Any specific area with a known or suspected abnormally high 

intermittent wind condition caused by geography, adjacent 

structures, or other specific local conditions that may not be 

recorded in National Weather Service records.

• Allowable pole EPA for jobsite wind conditions must be equal  

to or greater than fixture EPA. Responsibility lies with the 

specifier for correct pole selection based on ASCE7-05 wind  

map and job location.

• The Wind Map is intended only as a general guide. Always 

consult local authorities to determine maximum wind 

velocities, gusting and unique wind conditions for each specific 

application.

Caution
• Wind speeds and listed EPAs are for ground mounted 

installations. Poles mounted on structures (such as bridges and 

buildings) must consider vibration and coefficient of height  

factors beyond this general guide. Consult AASHTO standards.

• Extreme Wind Events: Hurricanes, Typhoons, Cyclones, or 

Tornadoes expose poles to flying debris, wind shear, and other 

unpredictable aerodynamic forces not indicated by the wind 

velocity ratings.

• Pole Strength Limited Warranty: Standard, unmodified Progress 

Commercial Lighting Poles installed as recommended, 

undamaged by corrosion, or lack of maintenance, shall 

withstand steady wind conditions on each pole's Allowable 

Pole EPA chart. Installation of poles without luminaires, or 

attachment of any unauthorized accessories to poles shall void 

this warranty.

EPA Information
All allowable pole and fixture EPAs (Fixture Area x Drag Factor) 

are derived from the AASHTO standard (American Association of 

State Highway and Transportation Officials). Responsibility lies with 

the specifier for correct pole selection based on local codes and 

sandards for the job location. 

Important
Do not erect poles without luminaires in place. Any accessories 

attached to pole, or other modifications will compromise pole 

strength and may result in pole failure.

Maintenance
A regularly scheduled maintenance program must be established to 

insure the protective paint coating is intact, corrosion or structural 

damage has not occurred, and anchor bolt nuts are tight. Failure to 

do so could lead to pole collapse and personal injury.

Lamps not included with 
fixtures unless specified. 
Specifications subject to 
change without notice.

©Progress Lighting 2016

All rights reserved.
International copyright 
secured.

To obtain more information on AASHTO Standards for Lighting 

Equipment contact:

American Association of State Highway 

and Transportation Officials

444 N. Capitol Street, NW, Suite 249

Washington, DC 20001

202 624-5800

www.aashto.org

AASHTO standards used are found in the following publications:

I-LTS-4 “Standard Specification for Structural Support for Highway 

Signs, Luminaires and Traffic Signals,” (2001).

NOTES:
• Values are based on 50 year mean recurrence interval 30’ 

above grade.
• Hawaii has an 105 mph wind velocity.
• Puerto Rico has a 125 mph wind velocity.
• Caution must be exercised in determining wind velocities 

in special wind areas such as:
Mountainous Regions
Areas surrounding the Great Lakes or other large bodies 
of water or open land.
Areas subject to extreme wind conditions, such as 
hurricanes, typhoons, cyclones, and tornadoes.
Areas adjacent to airports.
Any specific area with a known or suspected abnormally 
high intermittent wind condition caused by geography, 
adjacent structures, or other specific local conditions 
that may not be recorded in National Weather Service 
records.

• Allowable pole EPA for jobsite wind conditions must be 
equal to or greater than fixture EPA. Responsibility lies with 
the specifier for correct pole selection based on AASHTO 
wind map and job location.

• The Wind Map is intended only as a general guide. Always 
consult local authorities to determine maximum wind 
velocities, gusting and unique wind conditions for each 
specific application.

• CAUTION: Wind speeds and listed EPAs are for ground 
mounted installations. Poles mounted on structures (such 
as bridges and buildings) must consider vibration and 
coefficient of height factors beyond this general guide. 
Consult AASHTO standards.

• Extreme Wind Events: Hurricanes, Typhoons, Cyclones, or 
Tornadoes expose poles to flying debris, wind shear, and 
other unpredictable aerodynamic forces not indicated by 
the wind velocity ratings. 

• Pole Strength Limited Warranty: Standard, unmodified Kim 
lighting Poles installed as recommended, undamaged by 
corrosion, or lack of maintenance, shall withstand steady 
wind conditions as provided on page 2 (Allowable Pole 
EPA). Installation of poles without luminaires, or attachment 
of any unauthorized accessories to poles shall void this 
warranty.
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LINEAR /TROFFER
PCICT . . . . . . . . . . . . . . . . 4

PCILS . . . . . . . . . . . . . . . . 6

PCILT  . . . . . . . . . . . . . . . . 4

PCILW . . . . . . . . . . . . . . . . 5

PCIPG . . . . . . . . . . . . . . . . 6

PCIRK . . . . . . . . . . . . . . . . 6

PCIST . . . . . . . . . . . . . . . . 4

PCISW  . . . . . . . . . . . . . . . 6

PCIVT . . . . . . . . . . . . . . . . 6

PCIWB  . . . . . . . . . . . . . . . 5

P7137  . . . . . . . . . . . . . . . 6

P7154  . . . . . . . . . . . . . . . 6

P7183  . . . . . . . . . . . . . . . 5

P7186  . . . . . . . . . . . . . . . 5

P7189  . . . . . . . . . . . . . . . 6

P7196  . . . . . . . . . . . . . . . 5

P7206  . . . . . . . . . . . . . . . 8

P7218  . . . . . . . . . . . . . . . 8

P7221  . . . . . . . . . . . . . . . 8

P7249  . . . . . . . . . . . . . . . 7 

P7250  . . . . . . . . . . . . . . . 7 

P7251  . . . . . . . . . . . . . . . 7

P7252  . . . . . . . . . . . . . . . 7 

P7258  . . . . . . . . . . . . . . . 7 

P7265  . . . . . . . . . . . . . . . 5

P7266  . . . . . . . . . . . . . . . 5

P7267  . . . . . . . . . . . . . . . 5

P7268  . . . . . . . . . . . . . . . 5

P7278  . . . . . . . . . . . . . . . 8

P7279  . . . . . . . . . . . . . . . 8

P7280  . . . . . . . . . . . . . . . 8

P7285  . . . . . . . . . . . . . . . 8

EMERGENCY / EXIT 
PE2EU  . . . . . . . . . . . . . . 10

PE2WL . . . . . . . . . . . . . . 13

PEALE . . . . . . . . . . . . . . . 12

PECLB . . . . . . . . . . . . . . . 14

PECUE  . . . . . . . . . . . . . . 10 

PEEMB . . . . . . . . . . . . . . 13

PEERE . . . . . . . . . . . . . . . 11

PEESE . . . . . . . . . . . . . . . 11

PEHWU. . . . . . . . . . . . . . 12

PEOEU  . . . . . . . . . . . . . . 13

PERHC  . . . . . . . . . . . . . . 11

PETPE . . . . . . . . . . . . . . . 10

PEWLE . . . . . . . . . . . . . . 12

PEWLH . . . . . . . . . . . . . . 13 

CLOSE-TO-CEILING 
P2300  . . . . . . . . . . . . . . 25

P2301  . . . . . . . . . . . . . . 25

P2302  . . . . . . . . . . . . . . 24

P2303  . . . . . . . . . . . . . . 24

P2304  . . . . . . . . . . . . . . 25

P2305  . . . . . . . . . . . . . . 25

P2306  . . . . . . . . . . . . . . 22

P2307  . . . . . . . . . . . . . . 22

P2308  . . . . . . . . . . . . . . 22

P2309  . . . . . . . . . . . . . . 22

P2310  . . . . . . . . . . . . . . 22

P2311  . . . . . . . . . . . . . . 22

P2321  . . . . . . . . . . . . . . 24

P2322  . . . . . . . . . . . . . . 24

P3408  . . . . . . . . . . . . . . 23

P3411  . . . . . . . . . . . . . . 21

P3417  . . . . . . . . . . . . . . 21

P3425  . . . . . . . . . . . . . . 29

P3426  . . . . . . . . . . . . . . 29

P3431  . . . . . . . . . . . . . . 29

P3432  . . . . . . . . . . . . . . 21

P3433  . . . . . . . . . . . . . . 30

P3447  . . . . . . . . . . . . . . 20

P3448  . . . . . . . . . . . . . . 20

P3449  . . . . . . . . . . . . . . 20

P3468  . . . . . . . . . . . . . . 32

P3489  . . . . . . . . . . . . . . 26

P3527  . . . . . . . . . . . . . . 29

P3547  . . . . . . . . . . . . . . 32

P3548  . . . . . . . . . . . . . . 32

P3562  . . . . . . . . . . . . . . 26

P3564  . . . . . . . . . . . . . . 26

P3491  . . . . . . . . . . . . . . 26

P3492  . . . . . . . . . . . . . . 26

P3568  . . . . . . . . . . . . . . 26

P3570  . . . . . . . . . . . . . . 26

P3602  . . . . . . . . . . . . . . 29

P3610  . . . . . . . . . . . . . . 21

P3611  . . . . . . . . . . . . . . 21

P3612  . . . . . . . . . . . . . . 21

P3637  . . . . . . . . . . . . . . 30

P3642  . . . . . . . . . . . . . . 28

P3651  . . . . . . . . . . . . . . 28

P3658  . . . . . . . . . . . . . . 20

P3659  . . . . . . . . . . . . . . 20

P3660  . . . . . . . . . . . . . . 28

P3665  . . . . . . . . . . . . . . 23

P3673  . . . . . . . . . . . . . . 23

P3675  . . . . . . . . . . . . . . 23

P3687  . . . . . . . . . . . . . . 28

P3695  . . . . . . . . . . . . . . 22

P3760  . . . . . . . . . . . . . . 32

P3761  . . . . . . . . . . . . . . 32

P3762  . . . . . . . . . . . . . . 32

P3764  . . . . . . . . . . . . . . 32

P3765  . . . . . . . . . . . . . . 32

P3803  . . . . . . . . . . . . . . 29

P3804  . . . . . . . . . . . . . . 29

P3910  . . . . . . . . . . . . . . 23

P3911  . . . . . . . . . . . . . . 23

P3997  . . . . . . . . . . . . . . 28

P3998  . . . . . . . . . . . . . . 28

P3999  . . . . . . . . . . . . . . 28 

P7118  . . . . . . . . . . . . . . 31

P7182  . . . . . . . . . . . . . . 31

P7307  . . . . . . . . . . . . . . 30

P7309  . . . . . . . . . . . . . . 30

P7310  . . . . . . . . . . . . . . 30

P7315  . . . . . . . . . . . . . . 27

P7319  . . . . . . . . . . . . . . 27

P7320  . . . . . . . . . . . . . . 27

P7324  . . . . . . . . . . . . . . 27

P7325  . . . . . . . . . . . . . . 27

P7326  . . . . . . . . . . . . . . 27

P7328  . . . . . . . . . . . . . . 27

P7329  . . . . . . . . . . . . . . 27

P7379  . . . . . . . . . . . . . . 31

P7381  . . . . . . . . . . . . . . 31

P7382  . . . . . . . . . . . . . . 31

P7383  . . . . . . . . . . . . . . 30

P7384  . . . . . . . . . . . . . . 30

P7385  . . . . . . . . . . . 22,30

P8022  . . . . . . . . . . . . . . 16

P8027  . . . . . . . . . . . . . . 16

P8222  . . . . . . . . . . . . . . 17

P8107  . . . . . . . . . . . . . . 17 

P8240  . . . . . . . . . . . . . . 18

P8241  . . . . . . . . . . . . . . 18

P8247  . . . . . . . . . . . . . . 18

P8147  . . . . . . . . . . . . . . 19

CEILING FANS 
P2514  . . . . . . . . . . . . . . 35

P2530  . . . . . . . . . . . . . . 34

P2531  . . . . . . . . . . . . . . 34

P2602  . . . . . . . . . . . . . . 36

P2620  . . . . . . . . . . . . . . 36

P2621  . . . . . . . . . . . . . . 36

P2658  . . . . . . . . . . . . . . 36

SCONCES 
P5790  . . . . . . . . . . . . . . 40

P5800  . . . . . . . . . . . . . . 42

P5801  . . . . . . . . . . . . . . 42

P5806  . . . . . . . . . . . . . . 42

P5914  . . . . . . . . . . . . . . 42

P5915  . . . . . . . . . . . . . . 42

P7044  . . . . . . . . . . . . . . 40

P7045  . . . . . . . . . . . . . . 40

P7052  . . . . . . . . . . . . . . 39

P7068  . . . . . . . . . . . . . . 39

P7081  . . . . . . . . . . . . . . 39 

P7082  . . . . . . . . . . . . . . 39

P7083  . . . . . . . . . . . . . . 38

P7085  . . . . . . . . . . . . . . 38

P7092  . . . . . . . . . . . . . . 38

P7093  . . . . . . . . . . . 38,40

P7163  . . . . . . . . . . . . . . 40

P7249  . . . . . . . . . . . . . . 38

BATH AND VANITY
P2004  . . . . . . . . . . . . . . 48

P2005  . . . . . . . . . . . . . . 48

P2006  . . . . . . . . . . . . . . 48

P2061  . . . . . . . . . . . . . . 44

P2062  . . . . . . . . . . . . . . 44

P2063  . . . . . . . . . . . . . . 44

P2064  . . . . . . . . . . . . . . 44

P2091  . . . . . . . . . . . . . . 45

P2092  . . . . . . . . . . . . . . 45

P2093  . . . . . . . . . . . . . . 45

P2094  . . . . . . . . . . . . . . 45

P2142  . . . . . . . . . . . . . . 45

P2143  . . . . . . . . . . . . . . 45

P2144  . . . . . . . . . . . . . . 45

P2145  . . . . . . . . . . . . . . 45

P2706  . . . . . . . . . . . . . . 48

P2707  . . . . . . . . . . . . . . 48

P2708  . . . . . . . . . . . . . . 48

P2709  . . . . . . . . . . . . . . 48

P7025  . . . . . . . . . . . . . . 46

P7114  . . . . . . . . . . . . . . 47

P7115  . . . . . . . . . . . . . . 47

P7116  . . . . . . . . . . . . . . 47

P7211  . . . . . . . . . . . . . . 46

P7212  . . . . . . . . . . . . . . 46

P7218  . . . . . . . . . . . . . . 46

P7221  . . . . . . . . . . . . . . 46

P7227  . . . . . . . . . . . . . . 46

P7228  . . . . . . . . . . . . . . 46

P7229  . . . . . . . . . . . . . . 46
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