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PVC Electrical Products EANT=X

PVC PRODUCTS

CANTEX is a leading producer of PVC products, with eight manufacturing facilities located strategically from east to west across
the country. These facilities feature some of the most modern production equipment and advanced process technology found
anywhere in the industry. Production facilities include extrusion, injection molding, and fabrication processes to produce the
broad lines of PVC Products which serve the power, utility, building construction, and communications markets.

CANTEX PVC Products had its beginning over 60 years ago, as a division of a national corporation in the utility and building
construction industry. The Plastics Division grew steadily in size and importance. Its product lines expanded into several major
categories:

¢ Electrical distributors and contractors were provided with a broad line of PVC conduit and fittings.
¢ Power and utility companies were supplied with underground PVC duct and fittings.

* For the communications industry, PVC conduit and fittings were made available to telephone and cable companies
for underground cable installations.

¢ Municipal public works needs were met with PVC pipe for distribution and collection.

¢ The commercial market need was fulfilled with PVC plumbing pipe.

ELECTRICAL PRODUCT LINE

CANTEX offers a complete line of extruded and injection molded electrical conduit, duct, fittings, accessories, switch and outlet
boxes. Products include a full range of sizes in:

e Schedule 40 & 80 Conduit

¢ Electrical Fittings & Accessories — Molded & Fabricated

¢ Schedule 40 Condauit for Directional Drilling Applications
e Utility Duct - NEMA TC-6 & 8 - EB35, DB60, DB100, DB120
e Schedule 40 Forte-Duct® Cellular Core PVC Conduit

¢ Duct Fittings & Accessories

¢ Elbows, Bends & Sweeps — Standard & Special Radius

e EZ-FLEX® Electrical Nonmetallic Tubing & Fittings

e ENVIRO-FLEX® Liquid Tight Conduit & Fittings

¢ Telephone Conduit — Types B-C-D

e EZ BOX®Wall and Ceiling Switch and Outlet Boxes

e Cements

SERVICE

CANTEX stands for a commitment to service — service that puts the customer first. Our efficient transportation system means
on-time deliveries anywhere in the U.S. The CANTEX customer service team is staffed by professionals who provide immediate
response and effective communications about orders and shipments.

At the NEW CANTEX, WE WORK FOR THE CUSTOMER.
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INDUSTRY ORGANIZATIONS

CANTEX actively supports those organizations which set standards and promote professional practices in the electrical
industry. These include NEMRA, NAED, IAEI, IEEE, along with other associations in the construction industry.

QUALITY ASSURANCE

CANTEX has a comprehensive quality control program to ensure compliance with industry standards established by
Underwriters Laboratories, National Electrical Code, the American Society for Testing and Materials and Canadian Standards
Association.

From virgin raw materials blended into compounds through extrusion or injection molding to final inspection and testing of the
finished product, the manufacturing process is monitored to make sure quality standards are met or exceeded.

Each plant is graded and held accountable for the quality control performance of its total output.

To further strengthen the company’s goal for quality products, a centralized quality control review procedure ensures that every
plant is producing at a consistent level of quality for all similar products. You know you're getting the very best every time you
buy from CANTEX.

PVC ELECTRICAL STANDARDS BY PRODUCT

Schedule 40 Conduit

UL 651, NEMA TC-2 and NEC-Article 352 Utility Duct - Extra Strength

CSA C22.2 No. 211.2 NEMATC 6&8 and ASTM F-512
Utility Duct Fittings
Schedule 80 Conduit NEMATC-9
UL 651, NEMATC-2 and NEC-Article 352 EZ-FLEX ENT (Electrical Nonmetallic Tubing) & Fittings
PVC Electrical Fittings NEMA TC-13 and NEC Article 362 UL 1653A
Fittings for electrical applications conform to ENVIRO-FLEX Liquidtight Conduit
one or more of the following specifications: UL1660, NEC 356
NEMATC-3 and UL 514B, UL651, CSA 22.2 No. 227.2.1
NEMATC-6&8, ASTM F-512, UL 50, ENVIRO-FLEX Liquidtight Fittings
Uniform Product Code
UPC-A UPC-ITF
Item bar code identifies a single product unit. Shipping container bar code identifies each

standard carton of products.

o 88700704190 s 3 0088700 06530 8
Packaging Manufacturer ltem Check Packaging Manufacturer ltem Check

Level I.D. Number Number Digit Level 1.D. Number Number  Digit
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Schedule 40 / Schedule 80 Fittings & Accessories

Standard UL Coupling

Part Trade Carton ap @ 4D “«py A connector used to join lengths of
Number Size Qty. conduit pipe. The fitting consists of
6141623 1/2 200 | 1.063 | 1500 | 875 | 625 two solvent weld female ends with

a center stop. Both pieces of pipe
6141624 3/4 125 | 1.313 | 1563 | 1.063 | .625 should seat at the stop for proper
positioning.
6141625 1 70 | 1.625 | 2.000 | 1.313 | 1.000
6141626 1-1/4 40 | 2.000 | 2.125 | 1.688 | 1.000
6141627 1-1/2 30 | 2250 | 2.375 | 1.938 | 1.063
6141628 2 40 | 2688 | 2.600 | 2.375 | 1.192 " w “
6141629 2-1/2 20 | 3.250 | 3.500 | 2.875 | 1.750
6141630 3 40 | 4.000 | 3.875 | 3.500 | 1.188 e
6141631 3-1/2 30 |[4.1250 | 4.000 | 4.000 | 1.938 i
_______ L
6141632 4 20 | 5.000 | 4.188 | 4.500 | 2.000
6141633 5 10 | 6.125 | 5375 | 5.625 | 2.500
6141634 6 8 | 7.250 | 6.375 | 6.625 | 3.000
*6141635D | 8 1 = - = = - "D" -
* Not UL Listed Dimensions are nominal
male Adapter
NE%% o Tsr?zd: Cgrtt;n W o D’ ’ A connector often used tq transition
threaded metal conduit to PVC
5140043 12 200 [ 1.000 [ 1.438 | .688 conduit. It can also be used to join
5140044 ™ W o e | e PVC toPVC. Thefittings consist of
' i i two female ends. One end is thread-
5140045 1 70 | 1563 | 1.875 | .875 ed and the other is solvent weld.
Both ends will fit the same diameter
5140046 1-1/4 40 | 2.000 | 1.938 | .938 (sp . conduit.
5140047 1-1/2 30 | 2250 | 2125 | .938
5140048 | 2 40 | 2688 | 2.125 | 938 "W
5140049 2-1/2 20 | 3.313 | 3.000 | 1.313 !
|
5140050 3 40 | 4.000 | 3.063 | 1.250 :
|
1
5140051 3-1/2 30 | 4500 | 3.000 | 1.188 C :
| a
5140052 4 20 | 5.000 | 3.250 | 1.375 T i
e
5140053 5 10 | 6.125 | 3.688 | 1.313 ¢ |
5140054 6 8 | 7.250 | 4.375 | 1.625 |
*5140055D | 8 2 | 9.313 | 7.000 | 2.250
* Not UL Listed Dimensions are nominal

) (=
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Schedule 40 / Schedule 80 Fittings & Accessories

Terminal (Male) Adapter

A connector used to transition from plain end PVC conduit to a threaded metal or plastic female bell. Can also be used
to connect PVC conduit to a box or other threaded body with use of a lock nut. The fitting consists of one solvent weld
female end and one threaded male end. Both ends will fit the same diameter conduit.

” 4/9” P Part Trade Carton YY) wn ary
1/2” thru 1-1/2” Terminal (Male) Adapter Number oy Q. W L D
5140103 1/2 200 | 1.063 | 1.688 | 1.125
[ A1 5 5140104 3/4 125 | 1.250 | 1.750 | 1.188
o
"D" 5140105 1 70 | 1.625 | 2.188 | 1.500
1/2" thru 1-1/2" 5140106 | 1-1/4 40 | 2.000 | 2.125 | 1.313
Csp: 5140107 | 1-1/2 30 |2.000 [2063 | 1.313
"W Dimensions are nominal
2” thru 6” Terminal (Male) Adapter Noaper | s | @ | w | v | @
5140108 2 40 | 2.688 | 2.188 | 1.375
5140109 2-1/2 20 | 3.313 | 2.875 | 2.000
O w 5140110 | 3 40 | 3.938 | 3.000 | 2.188
D 5140111 3-1/2 30 | 4.500 | 3.188 | 2.563
2" and Larger
@ 5140112 4 20 | 5.000 | 3.438 | 2.563
- I' 5140113 5 10 | 6.250 | 4.750 | 3.000
"
5140114 6 8 | 7.313 | 4.938 | 2.688
5140115D | 8 2 -- -- --
Dimensions are nominal
Conduit Clamps (Pipe Straps)
A u-shaped conduit support device used Part Trade | Carton [, W “H
. . . . Number Size Qty.
to anchor conduit to interior or exterior '
surfaces. Two holes in the feet of the | 5133736 1/2 300 | 1.688 | 2.188 | 1.000
clamp allow mounting with screws or nails.
5133737 3/4 200 | 2.000 | 2.500 | 1.250
5133738 1 200 | 2250 | 2.813 | 1.500
@ 5133733 1-1/4 200 | 2500 | 3.125 | 1.813
L e 5133734 1-1/2 200 | 2.688 | 3.375 | 2.125
5133735 | 2 200 | 3.313 | 4.000 | 2.563
5133739 | 2-1/2 100 | 4.563 | 5.500 | 3.000
‘ | W | 5133740 | 3 100 | 5.125 | 6.000 | 3.563
| |
| np | 5133353 | 4 100 | 6.000 | 7.000 | 4.625

Dimensions are nominal

[y
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Schedule 40 / Schedule 80 Fittings & Accessories

Expansion Couplings - One Piece

Part Trade Carton N o Travel
Number Size Qty. Length A/
5144026 1/2 50 | 1.000 | 5.813 | 4.000 T I T
5144015 34 50 | 1313 | 6375 | 4.000 & | 2
5144016 1 50 | 1.563 | 6.750 | 5.000 |
5144017 1-1/4 25 | 2.000 | 7.250 | 5.000 |
5144018 1-1/2 25 | 2.188 | 7.438| 5.000 i
o
5144019 2 25 | 2.688 | 8.438 | 6.000 i
5144020 2-1/2 5 | 3.188 | 8.875| 6.000 |
5144021 3 10 | 4.000 | 9.250 | 6.000 |
1/
5144023 4 5 | 5.000 | 10.000 | 7.000 !
Dimensions are nominal
1/2” through 3/4” 2” through 3”
Maximum Expansion - 4” | Maximum Expansion - 6”
1” through 1-1/2” 3-1/2” through 4”

Maximum Expansion - 5” | Maximum Expansion - 7”

Expansion Couplings - Two Piece

Nomper | Ges | G| A | B [ ‘© | ' | Atwo piece coupling with solvent weld
bells in each end. The spigot part of the

5144031 12 2% | 875 | 7000 ] 688 | 8125 joint slides through an internal o-ring to
5144032 3/4 10 | 1.063 | 7.000 | 875 | 8125 [ Ccompensate for temperature changes.
5144033 | 1 10 | 1.313 | 7.063 | 1.000 | 8.375

5144034 | 1-1/4 5 | 1.688 | 7.625 | 1.000 | 9.000

5144035 | 1-1/2 5 | 1938 | 7.563 | 1.125 | 9.000 '

5144036 | 2 25 | 2.375 | 7.688 | 1.188 | 9.250

5144037 | *2-1/2 12 | 2.875 | 12.000 | 1.875 | 14.938
5144038 | 3 12 | 3500 | 12.000 | 1.875 | 14.938

5144039 | *3-1/2 6 | 4.000 | 12.375 | 2.000 | 14.875 . s
5144040 | 4 6 | 4500 | 12.313| 2.125 | 14.875
~5144041 | *5 1 | 5563 | 19.250 [ 2.938 [ 24.000 o
*5144042 | *6 1 | 6625 [20.813 | 3.000 | 26.375 : : T —

* NotULListed  ** Fabricated Dimensions are nominal i
1/2” through 2” 2-1/2” through 6”
Maximum Expansion - 4” | Maximum Expansion - 8”

) (=
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Schedule 40 / Schedule 80 Fittings & Accessories

Reducers

NEr?wrtt)er Tsr?gee CST;’” awr || 7 | oo | “oe | “De A bushing designed to fit
: into a bell end or female
5142220 3/4x1/2 100 | 1.000 |.120 | .630 | 1.050 | .852 | .836 | fitting to reduce from
one diameter to the next
5142230 1x1/2 100 - i - - - smaller conduit diameter.
5142221 1x3/4 100 | 1.180 | 120 | 834 | 1.315 | 1.064 | 1.046 | Male and female elements
of the bushing are solvent
5142222 1-1/4 x 1 50 | 1.420 | .140 | 1.059 | 1.660 | 1.330 | 1.310 [ weld.
5142251 1-1/2x 1 25 = = = = = -
' IDE '
5142223* | 1-1/2x1-1/4 50 | 1.370 | .180 [ 1.392 | 1.900 | 1.677 | 1.655 P |
C [ I
5142224* 2x1-1/2 25 | 1.600 | 250 | 1.622 | 2.375 | 1.918 | 1.894 T
5142225 2-1/2x2 25 | 1.900 | .250 | 2.076 | 2.875 | 2.391 | 2.370 H
5140867 3x2 25 | 224 |.250 | 2.085 | 3.500 | 2.393 | 2.362 IDB
I_]_ _______________ --
| |
5142226* 3x2-1/2 25 | 2.250 | .250 | 2.484 | 3.500 | 2.890 | 2.868
T
5142227* 4x3 20 | 2.600 | .370 | 3.083 | 4.500 | 3.515 | 3.492 ! oD !
5142229 4x3-1/2 20 | 2.600 | .400 | 3.598 | 4.500 | 4.015 | 3.992
* CSA Certified Dimensions are nominal
Box Adapters
Part | Tade [Caron | > | 5" [ iy | | ap | T | Meets NEMATC3
Number | Size Qty. (Min) | (Min) (Min) (Min) Requirements
5133715 | 12 | 100 | 700 .140| 1200 | 578 | 840 | 095 | Made of Rigid PVC
5133716 | 3/4 100 725 | .140 | 1.400 | .780 | 1.050 | .095 Adapter used with the hub
: : : : : : inside abox orenclosure. The
5133717 | 1 100 | 950 .140 | 1.700 | 1.004 [ 1.315 | 100 | cylinder protrudes through
a hole in the box wall and is
5133718 | 1-1/4| 50 990 | 250 | 2.000 | 1.335 | 1.660 | .120 | solvent welded to a female
fitting outside the box or en- l;".
5133719 | 1-1/2| 50 | 1.100 | .200 | 2.000 | 1.564 | 1.900 | .120
closure.
5133720 | 2 25 | 1175 | 200 | 2.750 | 2.021 | 2.375 | .130
5133721* | 2-1/2| 10 | 1.650 | .300 | 3.350 | 2.424 | 2.875 | .165 D
5133722 | 3 10 | 1.800 | .325 | 4.200 | 3.008 | 3.500 | .216
5133723* | 312 10 | 1.870| .325 | 4500 | 3.486 | 4.000 | .226
5133724* | 4 10 | 2.020 | .250 | 4.910 | 3.961 | 4500 | .237 i
* CSA Certified Dimensions are nominal T

EANT=X
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Schedule 40 / Schedule 80 Fittings & Accessories

End Cap
Meets NEMA TC3 Requirements Part | Trade | Carton “p g
L. Number | Size Qty.
Made of Rigid PVC
5140031 1/2 | 100 875 875
5140032 | 3/4 | 100 1.063 1.063
5140033 | 1 50 1.375 1.250
/_ llAll
/ 5140034 | 1-1/4 25 1.688 1.313
5140035 | 1-1/2 25 1.938 1.563
1/2” through 4 5140037 | 2 50 | 2375 | 1625
have dome top
5140038 | 2-1/2 25 2.875 2.000
5140039 | 3 25 3.563 2.375
5140036 | 3-1/2 25 4.000 2313
5140040 | 4 25 4.500 2.375
C , 5140041 | 5 25 5.563 2.500
sp " ” 5140042 | 6 10 6.625 3.000
5” and 6” have flat top

Dimensions are nominal

End Bell
Used in concrete vault walls to providg 4 _— Part Trade | Carton [ o o || e
a smooth, safe entrance to the conduit Number | Size Qty.
outside. Protects wiring which is being 5144003 1/2 100 | 1.000 | .625 | 1.250
pulled through the vault wall.
Meets requirements of NEMA TC-9 5144004 3/4 100 | 1.000 | .875 | 1.500
5144005 | 1 50 | 1.250 | 1.063 | 1.750
5144006 | 1-1/4 50 | 1.313 | 1.375 | 2.125
@@ 5144007 | 1-1/2 50 | 1.563 | 1625 | 2.500
5144008 | 2 40 | 1.563 | 2.063 | 2.813
h L f{ii 5144009 | 2-1/2 30 | 1.875 | 2500 | 3.375
5144010 | 3 50 | 2.063 | 3.000 | 4.125
5144011 | 3-1/2 50 | 2.250 | 3.500 | 4.625
ID oD 5144012 | 4 50 | 2.375 | 4.000 | 5.125
5144013 | 5 25 | 2.438 | 5.063 | 6.375
L] . 5144014 | 6 15 | 2.875 | 6.063 | 7.375
SIDE END 5143987 |*8 1 |10.000 | 8.063 | 10.375

* 8 inch trade size is not UL Listed Dimensions are nominal

) (=
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Schedule 40 / Schedule 80 Fittings & Accessories

Poly Plug
Part Trade Carton o i B
Number Size Qty. C D-1 D-2
5315248 2 70 3.250 1.875 2.438
5315250 3 70 3.813 2.625 3.438

5315252 4 90 4.063 3.688 4.438 "
5315253 5 45 3.813 4.750 5.500
5315254 6 30 3.813 5.563 6.500

Dimensions are nominal 2'D-2"

Poly Plug with Pulling Eye

5315258 2 70 3.000 2.000 2.500
5315259 21/2 70 3.000 2.125 2.750
5315260 3 45 3.750 2.875 3.500
5315262 4 80 3.875 3.750 4.500
5315263 5 45 3.750 4.875 5.625
5315264 6 35 3.875 5.625 6.875

Dimensions are nominal

Part Trade | Carton o = s ary ‘e
Number | Size Qty. 2 . c = E

5240100 12 75 2125 | 2.625 1.500 .875 | 1.125

5240101 3/4 50 2500 | 3.000 | 1.625 | 1.063 | 1.313

Dimensions are nominal

G

L ee

T=X
=
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Schedule 40 / Schedule 80 Fittings & Accessories

Sealing Washer
Part Trade Carton «ry” «N? o
Number Size Qty. D oD T
5163370 12 150 .880 1.200 125
5163371 3/4 125 1.050 1.380 125
5163372 1 100 1.340 1.650 125
5163374 1-3/4 50 1.680 2.050 125 ) )
, Use with terminal adapters
5163373 1-1/2 25 1.900 2.280 125 ' for concrete tight connection.
ﬁtT
5163375 2 50 2.370 2.750 125

Dimensions are nominal

Strain Relief Connectors

O
Part Trade Carton T arn “NIAY
Number | Size Q. | MININ = © DIA
ASSY
5133430 1/2 25 1.690 910 .500 1.33
5133431 3/4 25 1.690 .910 .750 1.33

Dimensions are nominal

“A"

[» wg”

METAL LOCKNUT

Threaded with lock nut and washer. Supplied
with a set of 6 unique grommets for customer
choice and use.

Insulating Bushing

51342000 | 12 | 10Ba% | 1060 | .430
51342010 | 34 | 10Ba%s | 4310 | .430
51342020 | 1 10 Bags | 4590 | .480
51342030 | 1-1/4 | 98395 | 1960 | 560
51342040 | 1-1/2 | 9B3% | 2180 | 560
5134205U | 2 5Bags 2680 | 590
5134206U | 2-1/2 10 3250 | .720
51342070 | 3 10 3870 | .750
Dimensions are nominal

) (=
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Schedule 40 / Schedule 80 Fittings & Accessories

Schedule 40 Longline Coupling with No Center Stop - Fabricated
Material is rigid PVC.

Part Trade Carton “N|A? apn
Number Size Qty. DIA A
6141702 1 20 1.313 4.500

6141703 | 1-1/2 20 1.875 4.875 DIA

6203000 | 2 20 2.375 6.125 S R

6203002 | 2-1/2 | 20 | 2875 | 6125 | 0N e

6203005 | 3 25 3.563 6.125 !

6203006 | 3-1/2 25 4.000 6.375

6203007 | 4 15 4.500 6.500
6203009 | 5 8 5.688 8.000
6203010 | 6 4 6.688 8.000

Dimensions are nominal

Schedule 40 Longline Coupling with Center Stop - Molded

Molded repair coupling with center stop. Material is rigid PVC.

on [ e [ [on [ w o] o 7
6202000 | 2 20 | 2375 | 4.188 | 2.000 f \
6202005 | 3 25 | 3.500 | 6.500 | 3.250 @
6202010 | 4 15 | 4500 | 7.000 | 3.500 P‘A"—l

Dimensions are nominal

Schedule 40 Longline Coupling with Center Stop - Fabricated
Material is rigid PVC.

oot | B [ [ow [ w [ -
6202002 2-1/2 25 2.875 | 6.313 | 2.750
6202015 5 8 5.563 | 8.313 | 3.625
6202016 6 4 6.625 | 9.000 | 3.500

Dimensions are nominal

Schedule 40 Swedged Coupling with Center Stop - Fabricated
Material is rigid PVC.
Part Trade Carton “DIA” pn P

Number Size Qty. "DIA"
6201001 | 2 20 |[2.750 | 8.063 | 2.250 // \ T
6201000 | 4 15 | 5.000 [ 8.000 | 4.000 BN
6151470 5 8 |[6.625 | 10.563 | 5.000 A

6141720 6 4 8.688 | 12.750 | 6.125

Dimensions are nominal

[y
16 :AN I =)( CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com



Schedule 40 / Schedule 80 Fittings & Accessories

Schedule 40 Split Sleeve Coupling - Fabricated

For repairs with wires in place.
Material is rigid PVC

Part Trade | Carton | «oya» wpn
Number Size Qty. PRI A "DIA"
6141684 | 2 25 | 2375 | 6125 \
]
6141685 | 3 25 | 3500 | 6.188 /
6141690 | 4 15 | 4563 | 6.250 T
6141692 5 8 5.625 | 8.875 _/
"A"
6141693 | 6 4 | es63 [10.125
Dimensions are nominal
Schedule 40 End Bell - Fabricated
NEMA TC-9 Compliant
Material is rigid PVC
IISD"
_IIA"
IILI’ T
Part Trade | Carton | «p» «Ry q» apy | «op | «cape
Number Size Qty. i 2 5 D e e g
5143980 | 2 50 | 2000 [ 3.000 | %900 | 2.390 [ 2.750 | 3.000
6.000
5143082 | 3 [ 50 | 2000|3000 60 | 3500 | 3.980 | 4.360
5143984 | 4 | 45 | 1625|3625 [ 2750 | 4.500 | 5.125 | 5.250 “ID”
5143986D | 6 15 [ 3000 | 3.500 | 7900 | 6.625 | 7.313 | 5.750 oD

Dimensions are nominal

) (=
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Rigid Nonmetallic Sch. 40 Elbows - Standard Radius

Schedule 40 90° Elbow - Plain End

Part Trade | Carton | g o a4 EST ) Conforms to UL651 and
Number Size Qty. MIN NEMA TC3
5133823 1/2 50 4000 | 4.000 | 4.000 | 1.500 | 6.250 | \aterial is Rigid PVC
5133824 3/4 35 4500 | 4500 | 4.500 | 1.500 | 7.125 | Bend Tolerance is +2°
5133825 1 20 5750 | 5.750 | 5.750 | 1.875 | 9.000
5133826 1-1/4 30 7.250 | 7.250 | 7.250 | 2.000 | 11.375 (GI.D”S
5133827 1-1/2 30 8.250 | 8.250 | 8.250 | 2.000 | 13.000 i
5133828 2 15 9.500 | 9.500 | 9.500 | 2.000 | 15.000
5133829 2-1/2 18 10.500 | 10.500 | 10.500 | 3.000 | 16.500 "
5133830 3 14 13.000 | 13.000 | 13.000 | 3.125 | 20.375
5133831 3-1/2 12 15.000 | 15.000 | 15.000 | 3.250 | 23.500
5133832 4 10 16.000 | 16.000 | 16.000 | 3.375 | 25.125 s 7
5133835 5 30* | 24.000 | 24.000 | 24.000 | 3.625 | 37.625 j
5133834 6 25* | 30.000 | 30.000 | 30.000 | 3.750 | 47.125 l “0"
* Pallet Quantity Dimensions are nominal
Schedule 40 45° Elbow - Plain End
NEre‘lnrtt)er Té?zdee C%rtt}?n e o “H MSIN u EER;(X[P(S: ;O UL651 and
5133763 1/2 50 4000 | 1.188 | 2.875 | 1.500 | 3.125 Material is Rigid PVC
5133764 3/4 25 4500 | 1.313 [ 3.188 | 1.500 [ 3500 | Bend Tolerance is +2°
5133765 1 20 5750 | 1.688 | 4.000 | 1.875 | 4.500
5133766 1-1/4 25 7.250 | 2125 | 5.125 | 2.000 | 5.688 ( D”s
5133767 1-1/2 20 8.250 | 2.375 | 5.875 | 2.000 | 6.500
5133768 2 10 9.500 | 2.813 | 6.750 | 2.000 | 7.500
5133769 2-1/2 20 10.500 | 2.563 | 7.375 | 3.000 | 8.250
5133770 3 8 13.000 | 3.813 | 9.188 | 3.125 | 10.250
5133771 3-1/2 5 15.000 | 4.375 | 10.625 | 3.250 | 11.875 "H"
5133772 4 20 16.000 | 4.688 | 11.438 | 3.375 | 12.625
5133773 5 30 | 24.00 | 7.000 | 17.000 | 3.625 | 18.875 /
5133774 6 25* [ 30.000 | 8.813 | 21.250 | 3.750 | 22.875
* Pallet Quantity Dimensions are nominal

[y
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Rigid Nonmetallic Sch. 40 Elbows - Standard Radius

Schedule 40 30° Elbow - Plain End

Conforms to UL651 and Part Trade | Carton [ um o . “g 5
NEMA TC3 Number Size Qty. MIN
Material is Rigid PVC 5133755 1/2 50 4.000 .500 2.000 | 1.500 | 2.125
Bend Tolerance is +2° 5133744 3/4 25 4500 | .625 | 2250 | 1.500 | 2.375
5133745 1 20 5750 | .750 | 2.875 | 1.875 | 3.000
(6“] b 5133746 1-1/4 25 7.250 | 1.000 | 3.625 | 2.000 | 3.813
5133747 1-1/2 20 8250 | 1.063 | 4.125 | 2.000 | 4.313
5 5133748 2 10 9.500 | 1.250 | 4.750 | 2.000 | 5.000
5133749 2-1/2 20 10.500 | 1.438 | 5.250 | 3.000 | 5.500
/. / L 5133750 3 8 13.000 | 1.750 | 6.500 | 3.125 | 6.813
J 7 30 5133751 | 3-1/2 5 | 15.000 | 2.000 | 7.563 [ 3.250 | 7.875
? / i 5133775 4 20 16.000 | 2.063 | 8.000 | 3.375 | 8.375
T 5133753 5 30* | 24.000 | 3.188 | 12.000 | 3.625 | 12.563
4 0 |— 5133754 6 25* | 30.000 | 4.000 | 15.000 | 3.750 | 15.688
* Pallet Quantity Dimensions are nominal
Schedule 40 22-1/2° Elbow - Plain End
Conforms to UL651 and Part Trade | Carton [ ugs o’ “H “S” >
NEMA TC3 Number Size Qty. MIN
Material is Rigid PVC 5136403 1-1/4 25 7250 | 563 | 2.750 | 2.000 | 2.875
Bend Tolerance is +2° 5134094 1-1/2 25 8250 | .625 | 3.125 | 2.000 | 3.250
5134067 2 10 9.500 | .750 | 3.625 | 2.000 | 3.750
(GTDUS 5134096 2-1/2 20 10.500 [ .813 | 4.000 | 3.000 | 4.125
5134068 3 8 13.000 [ 1.000 | 5.000 | 3.125 | 5.125
5134095 3-1/2 5 15.000 | 1.125 | 5.750 | 3.250 | 5.875
5133757 4 20 16.000 | 1.250 | 6.125 | 3.375 | 6.250
5134037 5 60* | 24.000 [ 1.813 | 9.188 | 3.625 | 9.375
5133901 6 50* [ 30.000 [ 2.250 | 11.500 [ 3.750 | 11.750
* Pallet Quantity Dimensions are nominal

) (=
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Rigid Nonmetallic Sch. 40 Elbows - Standard Radius

Schedule 40 90° Elbow - Bell End

Part Trade | Carton R “o” oy “S” ‘B’ a»

Number Size Qty. MIN MIN

5233823 1/2 50 4.000 | 4.000| 4.000( 1.500 | 1.000 6.250
5233824 3/4 35 4500 | 4.500| 4.500| 1.500 | 1.500 7.125
5233825 | 1 20 5.750 Y5 5.75| 1.875 | 1.500 9.000
5233826 | 1-1/4 30 7250 | 7.250| 7.250( 2.000 | 1.500 | 11.375
5233827 | 1-1/2 30 8.250 | 8.250 | 8.250 | 2.000 | 2.000 | 13.000
5233828 | 2 15 9.500 | 9.500 | 9.500 | 2.000 | 2.000 | 15.000
5233829 | 2-1/2 18 10.500 | 10.500 | 10.500 | 3.000 | 2.250 | 16.500
5233830 | 3 14 13.000 | 13.000 | 13.000 | 3.125 | 2.500 | 20.375
5233831 | 3-1/2 12 15.000 | 15.000 | 15.000 | 3.250 | 3.250 | 23.500
5233832 | 4 10 16.000 | 16.000 | 16.000 | 3.375 | 3.250 | 25.125
5233835 | 5 30" | 24.000 | 24.000 | 24.000 | 3.625 | 4.250 | 37.625
5233834 | 6 25* | 30.000 | 30.000 | 30.000 | 3.750 | 5.000 | 47.125

* Pallet Quantity

Schedule 40 45° Elbow - Bell End

Dimensions are nominal

Part Trade | Carton R “0 “H “S” ‘B” “»
Number Size Qty. MIN MIN
5233763 1/2 50 4.000 | 1.188 | 2.813 | 1.500 | 1.000 3.125
5233764 3/4 25 4500 | 1.313 | 3.188 | 1.500 | 1.500 3.500
5233765 | 1 20 5.750 | 1.688 | 4.063 | 1.875 | 1.500 4.500
5233766 | 1-1/4 25 7250 | 2.125 | 5.125 | 2.000 | 1.500 5.688
5233767 | 1-1/2 25 8.250 | 2.438 | 5.813 | 2.000 | 2.000 6.500
5233768 | 2 10 9.500 | 2.813 | 6.750 | 2.000 | 2.000 7.500
5233769 | 2-1/2 20 | 10.500 | 3.063 | 7.438 | 3.000 | 2.250 8.250
5233770 | 3 8 |13.000 | 3.813 | 9.188 | 3.500 | 2.500 | 10.188
5233771 | 3-1/2 5 |15.000 | 4.375 | 10.625 | 3.250 | 3.250 | 11.813
5233772 | 4 20 | 16.000 | 4.688 | 11.188 | 3.375 | 3.250 | 12.563
5233773 | 5 30" | 24.000 | 7.000 | 17.000 | 3.625 | 4.250 | 18.875
5233774 | 6 25" | 30.000 | 8.875 | 21.250 | 3.750 | 5.000 | 23.563

* Pallet Quantity

EANT=X

Dimensions are nominal

Conforms to UL651 and
NEMA TC3

Material is Rigid PVC
Bend Tolerance is +2°

| "Qn

\WTERTE,

€.

Conforms to UL651 and
NEMA TC3

Material is Rigid PVC
Bend Tolerance is +2°

\WTERTE,

€.

"R
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Rigid Nonmetallic Sch. 40 Elbows - Standard Radius

Schedule 40 30° Elbow - Bell End

Conforms to UL651 and Part [ Trade [Carton [ wgo | wor | ¢ | & | B | o
NEMA TC3 Number | Size Qty. MIN MIN
Material is Rigid PVC 5233748 | 2 10 9.500 1.250 | 4.750 | 2.000 | 2.000 5.000
Bend Tolerance is +2° 5233750 | 3 8 13.000 | 1.750 | 6.500| 3.125 | 2.500 | 6.813
5233751 | 3-1/2 5 15.000 | 2.000| 7.563| 3250 | 3.250 | 7.875
( )Us 5233776 | 4 20 |16.000| 2.063| 8.000| 3.375 | 3.250 | 8.375
5233753 | 5 30* |24.000| 3.188| 12.000 | 3.625 | 4.250 | 12.563
5233754 | 6 50* | 30.000 | 4.000 | 15.000 | 3.750 | 5.00 | 15.688
Y Py B * Pallet Quantity Dimensions are nominal

30°

Schedule 40 22-1/2° Elbow - Bell End

Conforms to UL651 and Part Trade | Carton | gy o 4 “S” “B” @
NEMA TC3 Number Size Qty. MIN MIN
Material is ngld PVC 5234097 3/4 25 4.500 375 1.750 | 1.500 | 1.500 1.750
Bend Tolerance is +2° 5236402 | 1 20 5.750 313 | 2.188 | 1.875 | 1.500 2.250
\WTERTE 5236403 | 1-1/4 25 7.250 563 | 2.750 | 2.000 | 1.500 2.875
(“m)us 5234094 | 1-1/2 20 8.250 .625 | 3.125 | 2.000 | 2.000 3.250
5234067 | 2 10 9.500 .750 | 3.625 | 2.000 | 2.000 3.750

5234096 | 2-1/2 10 10.500 .813 | 4.000 | 3.000 | 2.250 4.125

5234068 | 3 8 13.000 | 1.000 | 5.000 | 3.125 | 2.500 ERI25

5234095 | 3-1/2 5 15.000 | 1.125 | 5.750 | 3.250 | 3.250 5.875

5233867 | 4 20 16.000 | 1.250 | 6.125 | 3.375 | 3.250 6.250

5234037 |5 60" |24.000 ( 1.813 | 9.188 | 3.625 | 4.250 9.375

5233901 |6 50* | 30.000 | 2250 | 11.500 | 3.750 | 5.000 | 11.750
* Pallet Quantity Dimensions are nominal
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CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com :AN I b )(®



Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 90° Elbow Special Radius - Plain End

Schedule 40 90° Elbow 30” Radius Plain End

Part Trade s B L “S” f»
Number | Size | 1 O H ol MmN
5134147 3/4 30 30 30 1.500 | 47.125
5136340 1 30 30 30 1.875 | 47.125
H 5133878 | 1-1/4 | 30 30 30 | 2000 [ 47.125
5133921 1-1/2 30 30 30 2.000 | 47.125
5133920 2 30 30 30 2.000 | 47.125
5133981 2-1/2 30 30 30 3.000 | 47.125
- 5133867 3 30 30 30 3.125 | 47.125
5133948 3-1/2 30 30 30 3.250 | 47.125
5133850 4 30 30 30 3.375 | 47.125
5133872 5 30 30 30 3.625 | 47.125
‘ o Dimensions are nominal
' o ((Il»us Schedule 40 90° Elbow 36" Radius Plain End
Usre Part Trade “o» A eu “S” o »
Number Size R O H MIN L
5133949 3/4 36 36 36 1.500 | 56.500
Schedule 40 90° Elbow 18" Radius Plain End 5133852 | 1 36 36 36 1.875 | 56.500
Part Trade | .. — — g - 5133884 | 1-1/4 | 36 36 36 | 2.000 | 56.500
Number | Size | T O H 1 min L
5133866 1-1/2 36 36 36 2.000 | 56.500
5133846 | 1 18 18 18 1.875 | 28.250 5133848 5 36 36 36 2000 | 56.500
5133923 1-1/4 18 18 18 2.000 | 28.250 5133857 2.1/2 36 36 36 3.000 | 56.500
5133839 | 1-1/2 18 18 18 2.000 | 28.250 5133820 3 36 36 36 3125 | 56.500
5133844 |2 8 18 18 20U || BSEEY 5133818 3-1/2 36 36 36 3.250 | 56.500
5133856 | 2-1/2 18 18 18 3.000 | 28.250 5133821 4 36 36 36 3375 | 56.500
51338%8 |3 18 18 18 [ 3125 | 28.250 513384 |5 36 | 36 36 | 3.625 | 56.500
Dimensions are nominal
5133877 6 36 36 36 3.750 | 56.500
Dimensions are nominal
Schedule 40 90° Elbow 48” Radius Plain End
Part Trade o5 o ap “S” af
. - . Number | Size | R O H o1 MmN L
Schedule 40 90° Elbow 24" Radius Plain End
5133864 1 48 48 48 1.875 | 75.375
Part Trade ‘R “o? “H Sk apn
Number Size MIN 5133871 1-1/4 48 48 48 2.000 | 75.375
5133934 3/4 24 24 24 1.500 | 37.750 5133865 1-1/2 48 48 48 2.000 | 75.375
5133859 1 24 24 24 1.875 | 37.750 5133876 2 48 48 48 2.000 | 75.375
5133883 1-1/4 24 24 24 2.000 | 37.750 5133849 2-1/2 48 48 48 3.000 | 75.375
5133873 1-1/2 24 24 24 2.000 | 37.750 5133817 3 48 48 48 3.125 | 75.375
5133836 2 24 24 24 2.000 | 37.750 5133892 3-1/2 48 48 48 3.250 | 75.375
5133847 2-1/2 24 24 24 3.000 | 37.750 5133843 4 48 48 48 S8B || 78875
5133837 3 24 24 24 3.125 | 37.750 5133842 5 48 48 48 3.625 | 75.375
5133893 3-1/2 24 24 24 3.250 | 37.750 5133816 6 48 48 48 3.750 | 75.375
5133822 4 24 24 24 3.375 | 37.750 5133993D | 8 48 48 48 6.625 | 75.375
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 90° Elbow Special Radius - Plain End

Schedule 40 90° Elbow 72" Radius Plain End

————————— [ e e [ [ =
———————— 5133860 | 2 72 72 72 | 2.000 | 113.125
5134155 | 3 72 72 72 | 3125 [ 113.125
5133787 | 4 72 72 72 | 8375 [ 113.125
o 5134024 | 5 72 72 72 | 3625 [ 113.125
5133928 | 6 72 72 72 | 3750 [ 113.125

Dimensions are nominal

Schedule 40 90° Elbow 84” Radius Plain End

Part Trade o A L “S”
- Number | Size | T 0o H | min

5134049 |6 84 84 84 3.75 132

Dimensions are nominal

@

\WTERTE,

@ID Schedule 40 90° Elbow 96” Radius Plain End
us

J
]

Part Trade o A e “S” e

! "o" Number | Size R 0 H MIN L
5134025 | 5 96 96 96 3.625 | 150.875
5134015 | 6 96 96 96 3.750 | 150.875

Dimensions are nominal

Schedule 40 90° Elbow 120” Radius Plain End

Schedule 40 90° Elbow 60” Radius Plain End Part Trade | wom wn ap “g” .
° R O H (s
e Number Size MIN
Part Trade R “o “ S) @

Number | Size MIN 5133927 | 4 120 120 120 3.375 | 188.500
5133786 | 2 60 60 60 2.000 | 94.250 5134007 | 6 120 120 120 3.750 | 188.500
5134046 | 2-1/2 60 60 60 3.000 | 94.250 Dimensions are nominal
5133819 | 3 60 60 60 3.125 | 94.250

Schedule 40 90° Elbow 150” Radius Plain End
5133925 | 3-1/2 60 60 60 3.250 | 94.250
Part Trade R “o “H Sk @
5133854 | 4 60 60 60 3.375 | 94.250 Number | Size MIN
5133885 | 5 60 60 60 3.625 | 94.250 5133992 | 4 150 150 150 3.375 | 235.625
5133886 | 6 60 60 60 3.750 | 94.250 5134059 |5 150 150 150 3.625 | 235.625
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 45° Elbow Special Radius - Plain End

Schedule 40 45° Elbow 30” Radius Plain End

Part Trade oS E U “S” e
Number Size R 0 H MIN
5136341 1 30.000 | 8.688 | 21.250 | 1.875 2.563
5136348 | 1-1/2 | 30.000 | 8.688 | 21.250 | 2.000 | 2.563
5133918 | 2 30.000 | 8.688 | 21.250 | 2.000 | 2.563
5133896 | 2-1/2 | 30.000 | 8.688 | 21.250 | 3.000 | 2.563
n n
H 5133897 | 3 30.000 | 8.688 | 21.250 | 3.125 | 2.563
5133953 | 4 30.000 | 8.688 | 21.250 | 3.375 | 2.563
5133954 | 5 30.000 | 8.688 | 21.250 | 3.625 | 2.563
Dimensions are nominal
I/
Schedule 40 45° Elbow 36” Radius Plain End
cerre Part Trade o A P S fn
g Number | Size | 1 O H | MmN
€l|.b us 5133950 3/4 | 36.000 | 10.500 | 25.500 | 1.500 | 28.250
5133919 | 1 36.000 | 10.500 | 25.500 | 1.875 | 28.250
5133956 | 1-1/4 | 36.000 | 10.500 | 25.500 | 2.000 | 28.250
5133810 | 1-1/2 | 36.000 | 10.500 | 25.500 | 2.000 | 28.250
Schedule 40 45° Elbow 18” Radius Plain End 5133778 | 2 36.000 | 10.500 | 25.500 | 2.000 | 28.250
Part Trade “o o L “q” a 5133801 2-1/2 | 36.000 | 10.500 | 25.500 | 3.000 | 28.250
Number Size R O H MIN
5133779 |3 36.000 | 10.500 | 25.500 | 3.125 | 28.250
5134008 1 18.000 | 5.250 12.75 1.875 | 14.125
5133939 3-1/2 | 36.000 | 10.500 | 25.500 | 3.250 | 28.250
5136344 | 1-1/4 | 18.000 | 5.250 | 12.75 | 2.000 | 14.125
5133777 | 4 36.000 | 10.500 | 25.500 | 3.375 | 28.250
5133840 1-1/2 | 18.000 | 5.250 12.75 2.000 | 14.125
5133780 |5 36.000 | 10.500 | 25.500 | 3.625 | 28.250
5133797 2 18.000 | 5.250 12.75 2.000 | 14.125
5133880 6 36.000 | 10.500 | 25.500 | 3.750 | 28.250
5133973 | 2-1/2 | 18.000 | 5.250 | 12.75 | 3.000 | 14.125
5133988D | 8* 36.000 | 10.500 | 25.500 | 6.625 | 28.250
5133799 | 3 18.000 | 5.250 | 12.75 | 3.125 | 14.125 [ ‘e T ———
Dimensions are nominal
Schedule 40 45° Elbow 48” Radius Plain End
Part Trade =P A P “S” apn
° R (0] H
. . Number Size MIN
Schedule 40 45° Elbow 24" Radius Plain End
5133940 | 1 48.000 | 14.000 | 34.000 | 1.875 | 37.688
Part Trade R “o “H iSh o
Number Size MIN 5133942 1-1/4 | 48.000 | 14.000 | 34.000 | 2.000 | 37.688
5133933 3/4 |24.000 | 17.000 | 7.000 | 1.500 | 18.875 5133811 1-1/2 | 48.000 | 14.000 | 34.000 | 2.000 | 37.688
5133875 | 1 24.000 | 17.000 | 7.000 | 1.875 | 18.875 5133798 | 2 48.000 | 14.000 | 34.000 | 2.000 | 37.688
5133941 1-1/4 | 24.000 | 17.000 | 7.000 2.000 | 18.875 5134010 2-1/2 | 48.000 | 14.000 | 34.000 | 3.000 | 37.688
5133874 | 1-1/2 | 24.000 | 17.000 | 7.000 | 2.000 | 18.875 5133781 3 48.000 | 14.000 | 34.000 | 3.125 | 37.688
5133815 | 2 24.000 | 17.000 | 7.000 | 2.000 | 18.875 5133979 | 3-1/2 | 48.000 | 14.000 | 34.000 | 3.250 | 37.688
5133935 2-1/2 | 24.000 | 17.000 | 7.000 3.000 | 18.875 5133776 4 48.000 | 14.000 | 34.000 | 3.375 | 37.688
5133800 | 3 24.000 | 17.000 | 7.000 | 3.125 | 18.875 5133814 | 5 48.000 | 14.000 | 34.000 | 3.625 | 37.688
5133802 | 3-1/2 | 24.000 | 17.000 | 7.000 | 3.250 | 18.875 5133813 | 6 48.000 | 14.000 | 34.000 | 3.750 | 37.688
5133812 4 24.000 | 17.000 | 7.000 3.375 | 18.875 5133989D | 8* 48.000 | 14.000 | 34.000 | 6.625 | 37.688
Dimensions are nominal *Not ETL Listed Dimensions are nominal

EANT=X
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 45° Elbow Special Radius - Plain End

Schedule 40 45° Elbow 72” Radius Plain End

Part Trade o A P Sk e
Number Size R O H MIN
5134128 72.000 | 21.000 | 50.938 | 3.125 56.500
5134153 72.000 | 21.000 | 50.938 | 3.625 56.500
5133868 72.000 | 21.000 | 50.938 | 3.750 56.500
Dimensions are nominal
llHll
Schedule 40 45° Elbow 84" Radius Plain End
Part Trade e A qup “S” e
Number | Size | R O H | MmN L
/ 5133783 | 4 84.000 | 24.625 | 59.375 | 3.375 66.000
' Dimensions are nominal
((IDUS Schedule 40 45° Elbow 96" Radius Plain End
- Part Trade o A U Sk @
Number Size R O H MIN L
Schedule 40 45° Elbow 60” Radius Plain End 5133785 | 4 96.000 | 28.125 | 67.875 | 3.375 75.375
Part Trgad e . o " gy . 5134027 |5 96.000 | 28.125 | 67.875 | 3.625 75.375
Number | Size MIN 5134086 | 6 96.000 | 28.125 | 67.875 | 3.750 | 75.375
5133808 | 2 SLLDOL | e || B0 | 20D | e 5134100 |8 96.000 [ 28.125 | 67.875 | 6.625 | 75.375
5134111 | 2-1/2 | 60.000 | 17.625 | 34.000 | 3.000 | 47.125 Dimensions are nominal
5134006 3 60.000 | 17.625 | 34.000 | 3.125 | 47.125
5133946 4 60.000 | 17.625 | 34.000 | 3.375 | 47.125 A A
Schedule 40 45° Elbow 120” Radius Plain End
5133947 |5 60.000 | 17.625 | 34.000 | 3.625 | 47.125
Part Trade R “o gp “S? e
5133806 | 6 60.000 | 17.625 | 34.000 | 6.750 | 47.125 Number | Size MIN
5133980 8 60.000 | 17.625 | 34.000 | 6.625 | 47.125 5125886 | 4 120.000 | 35.188 | 84.875 | 3.375 94.250
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 30° Elbow Special Radius - Plain End

Schedule 40 30° Elbow 36” Radius Plain End

S Number | S | | O | H | |
5136347 | 1-1/4 | 36.000 | 4.813 | 18.000 | 2.000 | 18.875
5133974 | 1-1/2 | 36.000 | 4.813 | 18.000 | 2.000 | 18.875
5133792 |2 | 36.000 | 4.813 | 18.000 | 2.000 | 18.875
5133807 | 2-1/2 | 36.000 | 4.813 | 18.000 | 3.000 | 18.:875
~ H 5133793 |3 | 36.000 | 4.813 | 18.000 | 3.125 | 18.875
30° 5133938 | 3-1/2 | 36.000 | 4.813 | 18.000 | 3.250 | 18.875
R 5133790 |4 | 36.000 | 4.813 | 18.000 | 3375 | 18.875
/ 5133931 |5 | 36.000| 4.813 | 18.000 | 3625 | 18.875
! 5133791 |6 | 36.000 | 4.813 | 18.000 | 3.750 | 18.875

Dimensions are nominal

\WTERTE,

(GID us Schedule 40 30° Elbow 48" Radius Plain End

|—— (N—]

. o ) 5136343 | 1 48.000 | 6.438 | 24.000 | 1.875 | 25.125
SChig:le 403:1:""2:’ 18 F:(a:'“s P::"" E“‘isu - 5133943 | 1-1/4 | 48.000 | 6.438 | 24.000 | 2.000 | 25.125
Number | Size MIN 5133082 | 1-1/2 | 48.000 | 6.438 | 24.000 | 2.000 | 25.125
5133916 | 1 18.000 | 2.438 | 9.063 | 1.875 | 9.438 5133805 |2 48.000 | 6.438 | 24.000 | 2.000 | 25.125
5133794 | 1-1/4 | 18.000 | 2.438 | 9.063 | 2.000 | 9.438 5133809 |3 48.000 | 6.438 | 24.000 | 3.125 | 25.125
5133917 | 1-1/2 | 18.000 | 2438 | 9.063 | 2.000 | 9.438 5134026 | 3-1/2 | 48.000 | 6.438 | 24.000 | 3.250 | 25.125
5133789 | 2 18.000 | 2.438 | 9.063 | 2.000 | 9.438 5133838 | 4 48.000 | 6.438 | 24.000 | 3.375 | 25.125
5133752 | 2-1/2 | 18.000 | 2438 | 9.063 | 3.000 | 9.438 5133959 |5 48.000 | 6.438 | 24.000 | 3.625 | 25.125
5133969 | 3 18.000 | 2.438 | 9.063 | 3.125 | 9.438 5133861 | 6 48.000 | 6.438 | 24.000 | 3.750 | 25.125
Dimensions are nominal Dimensions are nominal
Schedule 40 30° Elbow 24" Radius Plain End
NE;% or Tsr?zdee “R “oF “H MSIN ‘L Schedule 40 30° Elbow 60” Radius Plain End
5136435 | 1 24.000 [ 3.188 | 12.000 | 1.875 | 12.563 ahart Rde e | oo | | i
5133913 | 1-1/4 |24.000 [ 3.188 | 12.000 | 2.000 | 12.563 s1aa162 | 2 w0 | 8063 130000 | 2000 | 371438
5133803 | 1-1/2 [24.000 [ 3.188 | 12.000 | 2.000 | 12563 s130496 | 3 P ey [ Fenyee [ v | ey
5133796 | 2 24.000 [ 3.188 | 12.000 | 2.000 | 12.563 5133999 |4 w0 | 8063 130000 | 3375 | 371438
5133957 | 2-1/2 |24.000 | 3.188 | 12.000 | 3.000 | 12563 P w0 | 8063 130000 | 3625 | 371438
5133958 | 3 24.000 | 3.188 | 12.000 | 3.125 | 12.563 [Eop— P Iy ey [ |y
5136439 | 3-1/2 |24.000 | 3.188 | 12.000 | 3.250 | 12563 Dimensions are nominal
5133788 | 4 24.000 | 3.188 | 12.000 | 3.375 | 12.563

Dimensions are nominal

Schedule 40 30° Elbow 150” Radius Plain End

Schedule 40 30° Elbow 30" Radius Plain End Part Trade | g “0 a “S” W
— Number Size MIN
Part Trade R “0 “H S wn
Number Size MIN 5134121 | 2 150 | 75.000 | 2.000 | 2.000 | 78.563
5136495 | 3 30.000 | 4.000 | 15.000 | 3.125 15.688 5134058 | 4 150 | 75.000 | 2.000 | 3.375 | 78.563
5133898 | 4 30.000 | 4.000 | 15.000 | 3.375 15.688 5134001 5 150 75.000 | 2.000 | 3.625 78.563
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 22-1/2° Elbow Special Radius - Plain End

Schedule 40 22-1/2° Elbow 36” Radius Plain End

Part Trade o AR e ESH s
Number | Size | 1 % H o1 MmN
5133975 1 36.000 | 2.750 | 13.750 | 1.875 14.125
5133997 | 1-1/4 | 36.000 | 2.750 | 13.750 | 2.000 | 14.125
5134103 | 1-1/2 | 36.000 | 2.750 | 13.750 | 2.000 | 14.125
5133851 2 36.000 | 2.750 | 13.750 | 2.000 14.125
5133937 | 2-1/2 | 36.000 | 2.750 | 13.750 | 3.000 | 14.125
5133904 | 3 36.000 | 2.750 | 13.750 | 3.125 14.125
5136437 | 3-1/2 | 36.000 | 2.750 | 13.750 | 3.250 14.125
5133853 | 4 36.000 | 2.750 | 13.750 | 3.375 | 14.125
nen 5133881 5 36.000 | 2.750 | 13.750 | 3.625 14.125
5133905 | 6 36.000 | 2.750 | 13.750 | 3.750 14.125
l éii Dimensions are nominal
o |—"O" () us Schedule 40 22-1/2° Elbow 48" Radius Plain End
Part Trade o AT L “S” e
” . . Number Size A 0 A MIN L
Schedule 40 22-1/2° Elbow 18” Radius Plain End
5136431 | 1-1/2 [ 48.000 | 3.625 | 1.375 | 3.000 | 18.875
AT il - S e L B~ - T 5133984 | 2 48.000 | 3.625 | 1.375 | 3125 | 18.875
5133944 1 18.000 | 1.375 6.875 1.875 7.063 5136434 2-1/2 | 48.000 | 3.625 1.375 3.000 18.875
5136424 | 1-1/4 | 18.000 | 1.375 | 6.875 | 2.000 | 7.063 5133971 |3 48.000 | 3.625 | 1.375 | 3.250 | 18.875
5133908 | 1-1/2 | 18.000 | 1.375 | 6.875 | 2.000 | 7.063 5133932 [4 48.000 | 3.625 [ 1.375 | 3.625 | 18.875
5133879 2 18.000 | 1.375 6.875 2.000 7.063 5133930 5 48.000 | 3.625 1.375 3.750 18.875
5133936 | 2-1/2 | 18.000| 1.375 6.875 3.000 7.063 5133862 | 6 48.000 | 3.625 1.375 6.625 18.875
Dimensions are nominal
5133845 | 3 18.000 | 1.375 | 6.875 | 3.125 | 7.063
Dimensions are nominal - Schedule 40 22-1/2° Elbow 60” Radius Plain End
Schedule 40 22-1/2° Elbow 24” Radius Plain End Part Trade | g “OP “p “g” e
Number Size MIN
Part Trade R “o “ “S” o
Number Size MIN 5134012 60 4563 | 23.000 | 3.375 23.563
5136420 | 1 24.000 | 1.813 9.188 1.875 9.438 5134020 60 4,563 | 23.000 | 3.625 23.563
5136425 | 1-1/4 |24.000| 1.813 | 9.188 | 2.000 | 9.438 5134065 60 4563 | 23.000 | 3.750 | 23.563
5136428 | 1-1/2 | 24.000 | 1.813 | 9.188 | 2.000 | 9.438 Dimensions are nominal
5133915 | 2 24.000 | 1.813 | 9.188 | 2.000 | 9.438 Schedule 40 22-1/2° Elbow 120” Radius Plain End
5134019 | 2-1/2 | 24.000 | 1.813 9.188 | 3.000 9.438 Part Trade . o oy gy o
5133903 | 3 24000 | 1.813 | 9.188 | 3.125 | 9.438 Number | Size MIN
5133902 | 3-1/2 | 24.000| 1.813 | 9.188 | 3.250 | 9.438 5133887 120 | 9125 | 45938 | 2.000 | 47.125
5133869 | 4 24.000 | 1813 | 9188 | 3375 | 9438 5134175 120 | 9.125 | 45.938 | 3.375 | 47.125
Dimensions are nominal 5134117 | 5 120 9.125 | 45.938 | 3.625 47125
Schedule 40 22-1/2° Elbow 30” Radius Plain End Dimensions are nominal
Part Trade «g” Schedule 40 22-1/2° Elbow 150" Radius Plain End
C liR!l “O!l “Hl (R
Number Size MIN
Part Trade R “0 “H “S” e
5136421 1 30.000 | 2.25 11.500 | 1.875 11.750 Number Size MIN
5136433 | 2-1/2 | 30.000 | 2.25 11.500 | 3.000 11.750 5134002 | 2-1/2 150 11.375 | 57.375 | 3.000 58.875
5133929 | 3 30.000 | 225 |11.500 | 3.125 | 11.750 5133945 | 4 150 | 11.375 | 57.375 | 3.375 | 58.875
5133882 | 4 30.000 | 2.25 11.500 | 3.375 11.750 5133960 | 5 150 11.375 | 57.375 | 3.625 58.875
5133900 | 5 30.000 | 2.25 11.500 | 3.625 11.750 5134055 | 6 150 11.375 | 57.375 | 3.750 58.875
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 11-1/4° Elbow Special Radius - Plain End

Schedule 40 11-1/4° Elbow 48” Radius Plain End

Part Trade ] A equp “g” @
Number | Size | 1 0 H ol MmN L

5133998 | 1-1/4 | 48.000 | .938 9.375 | 2.000 9.438
5134039 | 2-1/2 | 48.000 | .938 9.375 | 3.000 9.438

5134083 | 3 48.000 | .938 9.375 | 3.125 9.438
5133990 | 4 48.000 .938 9.375 3.375 9.438
’ 5133977 | 5 48.000 | .938 9.375 | 3.625 9.438
| | 5134079 | 6 48.000 | .938 9.375 | 3.750 9.438
l | 5133907 | 8 48.000 .938 9.375 6.625 9.438
: : Dimensions are nominal
| |
| |
| |
: | : ((ID Schedule 40 11-1/4° Elbow 60” Radius Plain End
A" ) Part Trade = D up “S” «»
— [ N U Number | Size | R 0 H | i L
5134084 | 3 60 1.125 | 11.688 | 3.125 11.750
Schedule 40 11-1/4° Elbow 18" Radius Plain End 5134157 | 4 60 1.125 | 11.688 | 3.375 | 11.750
Part Trade | oo . - “g” - 5133978 | 5 60 | 1.125 | 11.688 | 3.625 | 11.750
Number Size R 0 H MIN
5134080 | 6 60 1.125 | 11.688 | 3.750 11.750
5134034 |2 18.000 | .344 | 35500 | 2.000 | 3.500 e ———
5134035 | 3 18.000 | 1.375 3.500 | 3.125 3.500

Dimensions are nominal

Schedule 40 11-14° Elbow 72" Radius Plain End

) ) Part Trade ey “«y? wp “S” e
Schedule 40 11-1/4° Elbow 24” Radius Plain End Number | Size R O A MIN L
Part Trade ‘R “0 o “S” “q» 5134070 | 5 72 1.375 | 14.000 | 3.625 | 14.125
Number Size MIN
5134143 | 6 72 1.375 | 14.000 | 3.750 | 14.125
5134152 | 2 24.000 | .469 9.188 | 2.000 1.688 o - -
imensions are nominal
5134036 | 3 24.000 | .469 9.188 | 3.125 1.688
5133991 | 4 24.000 | .469 9.188 | 3.250 1.688
5133965 | 5 24.000 | .469 9.188 | 3.375 1.688
Dimensions are nominal  Schedule 40 11-1/4° Elbow 120” Radius Plain End
Part Trade o A P “S” «»
Number | Size R 0 H MIN L
5134151 | 5 120.000 | 23.000 | 23.438 | 3.625 | 23.563
Schedule 40 11-1/4° Elbow 36" Radius Plain End Dimensions are nominal
Part Trade o A P “S” a»
Number Size R 0 H MIN L
5133996 | 1-1/4 | 36.000 | .688 7.000 | 2.000 7.063 Schedule 40 11-1/4° Elb 150” Radius Plain End
5133963 | 2 36.000 | .688 7.000 | 2.000 7.063 chedule4011- ow 150" Radius Plain En
Part Trade ‘R “o oy “S” wn
5134129 | 2-1/2 | 36.000 | .688 7.000 | 3.000 7.063 Number Size MIN
5134082 | 3 36.000 | .688 7.000 | 3.125 7.063 5133911 | 2 150 2.875 | 29.250 | 2.000 | 29.438
5133910 | 4 36.000 | .688 7.000 | 3.375 7.063 5133912 | 4 150 2.875 | 29.250 | 3.375 | 29.438
5133914 | 5 36.000 | .688 7.000 | 3.625 7.063 5134122 | 5 150 2.875 | 29.250 | 3.625 | 29.438
5133987 | 6 36.000 | .688 7.000 | 3.750 7.063 5134048 | 6 150 2.875 | 29.250 | 3.750 | 29.438
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 90° Elbow Special Radius - Bell End

Schedule 40 90° Elbow 30” Radius Bell End

== | o Part Trade | g TAD e “S” ‘B” «»
S Number [ Size | H | 9" | W] MiN [ MmN
________ 5233920 | 2 30.000 | 30.000 | 30.000 | 2.000 | 2.000 | 47.125
5233981 | 2-1/2 | 30.000 | 30.000 | 30.000 | 3.000 | 2.250 | 47.125
5234081 | 3 30.000 | 30.000 | 30.000 | 3.125 | 2.500 | 47.125
"H" 5233852 | 4 30.000 | 30.000 | 30.000 | 3.375 | 3.250 | 47.125
5233872 | 5 30.000 | 30.000 | 30.000 | 3.625 | 4.250 | 47.125
Dimensions are nominal
Schedule 40 90° Elbow 36" Radius Bell End
Part Trade | “y wp “S” “‘B” wn
T — Number | Size | T © Ho ]l MmN | miIN
ngn 5233855 | 1 36.000 | 36.000 | 36.000 | 1.875 | 1.500 | 56.500
5233884 | 1-1/4 | 36.000 | 36.000 | 36.000 | 2.000 | 1.500 | 56.500
{ g 5233866 | 1-1/2 | 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
o 5233848 | 2 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
’ "o" s 5233857 | 2-1/2 | 36.000 | 36.000 | 36.000 | 3.000 | 2.250 | 56.500
! 5233930 | 3 36.000 | 36.000 | 36.000 | 3.125 | 2.500 | 56.500
5233818 | 3-1/2 | 36.000 | 36.000 | 36.000 | 3.250 | 3.250 | 56.500
5233842 | 4 36.000 | 36.000 | 36.000 | 3.375 | 3.250 | 56.500
Schedule 40 90° Elbow 18” Radius Bell End 5233841 | 5 36.000 | 36.000 | 36.000 | 3.625 | 4.250 | 56.500
Part Trade - o ap «gr “g? o 5233877 | 6 36.000 | 36.000 | 36.000 | 3.750 | 5.000 | 56.500
Number | Size MIN MIN Dimensions are nominal
5233844 | 1 18.000 | 18.000 | 18.000 | 1.875 | 1.500 | 28.250 Schedule 40 90° Elbow 48" Radius Bell End
5233923 | 1-1/4 18.000 | 18.000 | 18.000 | 2.000 | 1.500 | 28.250 i =
Part Trade | «go “o” 4 S B @
5233839 | 1-1/2 18.000 | 18.000 | 18.000 | 2.000 | 2.000 | 28.250 Number | Size MIN MIN
5233846 | 2 18.000 | 18.000 | 18.000 | 2.000 | 2.000 | 28.250 5236338 | 1 48.000 | 48.000 | 48.000 | 1.875 | 1.500 | 75.375
5233856 | 2-1/2 18.000 | 18.000 | 18.000 | 3.000 | 2250 | 28.250 5234053 | 1-1/4 | 48.000 | 48.000 | 48.000 | 2.000 | 1.500 | 75.375
5233850 | 3 18.000 | 18.000 | 18.000 | 3.125 | 2500 | 28.250 5233865 | 1-1/2 | 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
5233985 | 4 18.000 | 18.000 | 18.000 | 3.375 | 3250 | 28.250 5233876 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
Dimensions are nominal 5233849 | 2-1/2 | 48.000 | 48.000 | 48.000 | 3.000 | 2.250 | 75.375
5233817 | 3 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375
5233892 | 3-1/2 | 48.000 | 48.000 | 48.000 | 3.250 | 3.250 | 75.375
Schedule 40 90° Elbow 24" Radius Bell End 5233843 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375
Part | Trade | «g» “or o “S” ‘B @ 5233868 | 5 48.000 | 48.000 | 48.000 | 3.625 | 4.250 | 75.375
Number | Size MIN MIN
5234099 | 3/4 |24.000 | 24.000 | 24.000 | 1.500 | 1.500 | 37.688 5233816 | 6 48.000 | 48.000 | 48.000 ) 3.750 | 5.000 | 75.375
Dimensions are nominal
5233859 | 1 24.000 | 24.000 | 24.000 | 1.875 | 1.500 | 37.688 A
Schedule 40 90° Elbow 60" Radius Bell End
5233883 | 1-1/4 | 24.000 | 24.000 | 24.000 | 2.000 | 1.500 | 37.688
Part Trade | «go “0 “p “S” ‘B’ W
5233873 | 1-1/2 | 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 Number | Size MIN MIN
5133924 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 5233786 | 2 60.000 | 60.000 | 60.000 | 2.000 | 2.000 | 94.250
5233847 | 2-1/2 | 24.000 | 24.000 | 24.000 | 3.000 | 2.250 | 37.688 5233819 | 3 60.000 | 60.000 | 60.000 | 3.125 | 2.500 | 94.250
5233837 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688 5233854 | 4 60.000 | 60.000 | 60.000 | 3.375 | 3.250 | 94.250
5233893 | 3-1/2 | 24.000 | 24.000 | 24.000 | 3.250 | 3.250 | 37.688 5233885 | 5 60.000 | 60.000 | 60.000 | 3.625 | 4.250 | 94.250
5233822 | 4 24.000 | 24.000 | 24.000 | 3.375 | 3.250 | 37.688 5233886 | 6 60.000 | 60.000 | 60.000 | 3.750 | 5.000 | 94.250
Dimensions are nominal Dimensions are nominal

) (=
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 90° Elbow Special Radius - Bell End

Schedule 40 90° Elbow 84" Radius Bell End

Part Trade | upyn “y o gy =
Number | Size R 0 H MIN MIN

5234026 | 6 84.000 | 84.000 | 84.000 | 3.750 | 5.000 | 132.000

Dimensions are nominal

w2

Schedule 40 90° Elbow 96" Radius Bell End

Part | Trade | wmr | v | o | S | B | a»
Number | Size | R O Hol MmN | MmN L

5234035 | 6 96.000 | 96.000 | 96.000 | 3.750 | 5.000 | 150.875

Dimensions are nominal

Schedule 40 90° Elbow 120” Radius Bell End

Part Trade ESH “‘B” e
Number | Size MIN MIN

( ) 5234116 | 2 120.000{120.000{120.000( 2.000 | 2.000 | 188.500
us

R “Qp app

| lloll

5233927 | 4 120.000{120.000{120.000| 3.375 | 3.250 | 188.500
5234007 | 6 120.000{120.000{120.000| 3.750 | 5.000 | 188.500

Dimensions are nominal

Schedule 40 90° Elbow 72” Radius Bell End

Part Trade mep A L “S” “B” e
Number | Size | T 0 H ol MmN [ min

5234155 | 3 72.000 | 72.000 | 72.000 | 3.125 | 2.500 | 113.125

Schedule 40 90° Elbow 150” Radius Bell End

Part Trade R “0 “p “S” ‘B’ “qr
5233787 | 4 72.000 | 72.000 | 72.000 | 3.625 | 3.250 | 113.125 Number | Size MIN MIN
5233928 | 6 72.000 | 72.000 | 72.000 | 6.750 | 5.000 |113.125 5234156 | 3 150.000{150.000{150.000| 3.125 | 2.500 |235.625
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 45° Elbow Special Radius - Bell End

Schedule 40 45° Elbow 36" Radius Bell End

Part Trade o5 e aup Sk ‘B” i
Number | Size | T O H ol MmN | MmN
5233919 | 1 36.000 | 10.500 | 25.438 | 1.875 | 1.500 | 28.250
5234083 | 1-1/2 36.000 | 10.500 | 25.438 | 2.000 | 2.000 | 28.250
5233778 | 2 36.000 | 10.500 | 25.438 | 2.000 | 2.000 | 28.250
5233801 | 2-1/2 36.00 | 10.500 | 25.438 | 3.000 | 2.250 | 28.250
"y 5233779 | 3 36.000 | 10.500 | 25.438 | 3.125 | 2.500 | 28.250
5233939 | 3-1/2 36.000 | 10.500 | 25.438 | 3.250 | 3.250 | 28.250
5233777 | 4 36.000 | 10.500 | 25.438 | 3.375 | 3.250 | 28.250
5233780 | 5 36.000 | 10.500 | 25.438 | 3.625 | 4.250 | 28.250
5133894 | 6 36.000 | 10.500 | 25.438 | 3.750 | 5.000 | 28.250
- Dimensions are nominal
o (G'I‘D Schedule 40 45° Elbow 48”Radius Bell End
us
uistes Part Trade = TR D “g” ‘B” e
Number | Size | R O Hol v | min U
Schedule 40 45° Elbow 18" Radius Bell End 5233811 | 1-1/2 | 48.000 | 14.000 | 33.313 | 2.000 | 2.000 | 37.688
- pr 5133759 | 2 48.000 | 14.000 | 33.313 | 2.000 | 2.000 | 37.688
Part Trade ] “ 4y S B «qr
Number | Size MIN MIN 5233785 | 2-1/2 48.000 | 14.000 | 33.313 | 3.000 | 2.250 | 37.688
5234008 | 1 18.000 | 5.250 | 12.750 | 1.875 1.500 | 14.125 5233782 | 3 48.000 | 14.000 | 33313 | 3.125 | 2500 | 37.688
5233797 | 2 18.000 | 5250 | 12750 [ 2.000 | 2.000 | 14.125 5133761 | 4 48.000 | 14.000 | 33.313 | 3.375 | 3.250 | 37.688
5233973 | 2-1/2 | 18.000 | 5.250 | 12.750 | 3.000 | 2.250 | 14.125 5233781 | 5 48.000 | 14.000 | 33313 | 3625 | 3250 | 37.688
5233799 | 3 18.000 | 5250 | 12.750 | 3125 | 2.500 | 14125 5233813 |6 48.000 | 14.000 | 33.313 | 3.750 | 4.250 | 37.688
Dimensions are nominal
5233989D | 8 48.000 | 14.000 | 33.938 | 6.625 | 5.000 | 37.688
Dimensions are nominal
Schedule 40 45° Elbow 24” Radius Bell End
Part Tace T — — pree pree - Schedule 40 45° Elbow 60” Radius Bell End
Number | Size | T 0 H ol MmN | MIN — T
Part Trade ] “o s S B o
5233878 | 1 24.000 | 7.00 17.000 | 1.875 | 1.500 | 18.875 Number | Size MIN MIN
5233941 | 1-1/4 24.000 | 7.00 17.000 | 2.000 | 1.500 | 18.875 5233808 | 2 60.000 | 17.563 | 42.375 | 2.000 | 2.000 | 47.125
5233874 | 1-1/2 24,000 | 7.00 | 17.000 | 2.000 | 2.000 | 18.875 5233946 | 4 60.000 | 17.563 | 42.375 | 3.375 | 3.250 | 47.125
5233815 | 2 24000 | 7.00 | 17.000 | 2.000 | 2.000 | 18.875 5233947 | 5 60.000 | 17.563 | 42.375 | 3.625 | 4.250 | 47.125
5233935 | 2-1/2 24.000 | 7.00 | 17.000 | 3.000 | 2250 | 18.875 5233806 | 6 60.000 | 17.563 | 42.375 | 3.750 | 5.000 | 47.125
5233800 | 3 24.000 | 7.00 | 17.000 | 3.125 | 2500 | 18.875 Dimensions are nominal
5233802 | 3-1/2 24.000 | 7.00 17.000 | 3.250 | 3.250 | 18.875
o " H
5233812 | 4 22000 | 700 | 17000 | 3375 | 3250 | 18875 | Schedule 4045°Elbow 150" Radius Bell End
Di i inal Part Trade o5 = aup “g” ‘B’ e
Imensions are nominal Number Slze R O H MIN MIN L
5234015 | 2 150.000 | 43.938 | 106.063 | 2.000 | 2.000 | 117.813
Schedul “Elb Radius Bell End 5233783 | 3 150.000 | 43.938 | 106.063 | 3.125 | 2.500 | 117.813
404 w 30” i n
chedule 40 45 ow 30”Radius Be 5233951 | 4 150.000 | 43.938 | 106.063 | 3.625 | 3.250 | 117.813
Part Trade ‘R “o a4y “g” ‘B” «q»
Number | Size MIN MIN 5233952 | 5 150.000 | 43.938 | 106.063 | 3.625 | 4.250 | 117.813
5233953 | 4 30.000 | 8.750 | 21.250 | 3.375 | 3.250 | 23.563 5233804 | 6 150.000 | 43.938 | 106.063 | 3.750 | 5.000 | 117.813

Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 30° Elbow Special Radius - Bell End

Schedule 40 30° Elbow 36” Radius Bell End

NE;rtt)er Tsr?zdee L s M?N M?N T
5233792 | 2 36.000 | 4813 | 18.000 | 2.000 | 2.000 | 18.875
— 5233793 | 3 36.000 | 4813 | 18.000 | 3.125 | 2500 | 18.875
5233790 | 4 36.000 | 4813 | 18.000 | 3375 | 3250 | 18.875
5233933 | 5 36.000 | 4813 | 18.000 | 3625 | 4250 | 18.875
H 5233791 | 6 36.000 | 4813 | 18.000 | 3750 | 5.000 | 18.875
Dimensions are nominal
Schedule 40 30° Elbow 48” Radius Bell End
s
5233820 | 2 48.000 | 6.438 | 24.00 | 2000 | 2.000 | 25.125
GTD 5233809 | 3 48.000 | 6.438 | 24.000 | 3125 | 2500 | 25.125
— O |— o 5233838 | 4 48000 | 6.438 | 24.000 | 3.375 | 3250 | 25.125
5233959 | 5 48.000 | 6.438 | 24.000 | 3625 | 4250 | 25.125
Schedule 40 30° Elbow 18" Radius Bell End 5233861 | 6 48000 | 6.438 | 24.000 | 3.750 | 5.000 | 25.125
5233789 | 2 18.000 | 2438 | 9.063 | 2.000 | 2000 | 9.438
o2l |0 2R | 9O | ST | 2000 | OB | schedule 40 30° Elbow 60” Radius Bell End
e | G2 [ [ o [ Lo ]
5233999 | 4 60.000 | 8.063 | 30.000 | 3375 | 3250 | 31.438
Schedule 40 30° Elbow 24” Radius Bell End Dimensions are nominal
NEr?%er Tsr?ch L R L MSIN M?N T
5236435 | 1 24,000 | 3.188 | 12.000 | 1.875 | 1500 | 12563
5233803 | 1-1/2 | 24.000 | 3188 | 12.000 | 2.000 | 2.000 | 12563 | Schedule 40 30° Elbow 120" Radius Bell End
5233796 | 2 24,000 | 3.188 | 12.000 | 2.000 | 2.000 | 12.563 stnréer Tsr?fee “q “o 4y M?N M?N o
5233958 | 3 24,000 | 3.188 | 12.000 | 3125 | 2500 | 12563 5233002 | 2 120000 | 16063 1 60000 | 3375 | 3250 | 6261
5236439 | 3-1/2 | 24.000 | 3.188 | 12.000 | 3250 | 3.250 | 12.563 Dimensions are nominal
5233788 | 4 24,000 | 3.188 | 12.000 | 3375 | 3250 | 12563

Dimensions are nominal

Schedule 40 30° Elbow 150” Radius Bell End

Schedule 40 30° Elbow 30" Radius Bell End Part | Trade | g “0” o ‘s | B o
Number | Size MIN | MIN
Part Trade ‘R “o aH “S” ‘B’ o
Number | Size MIN MIN 5234135 | 3 150.000 | 20.125 | 75.000 | 3.125 | 2.500 | 78.563
5233898 | 4 30.000 | 4.000 | 15.000 [ 3.375 | 3.250 | 15.938 5233964 | 4 150.000 | 20.125 | 75.000 | 3.375 | 3.250 | 78.563
Dimensions are nominal Dimensions are nominal
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Schedule 40 22-1/2° Elbow Special Radius - Bell End

Rigid Nonmetallic Sch. 40 Elbows - Special Radius

I

I
¥
I
I
I
I
I
I
I
I

Schedule 40 22-1/2° Elbow 36” Radius Bell End

5233997 | 1-1/2 | 36.000 | 2.750 | 13.750 | 2.000 | 2.000 | 14.125
5233851 | 2 36.000 | 2.750 | 13.750 | 2.000 | 2.000 | 14.125
5233937 | 2-1/2 | 36.000 | 2.750 | 13.750 | 3.000 | 2.250 | 14.125
5233904 | 3 36.000 | 2.750 | 13.750 | 3.125 | 2.500 | 14.125
5233853 | 4 36.000 | 2.750 | 13.750 | 3.375 | 3.250 | 14.125
5133888 | 5 36.000 | 2.750 | 13.750 | 3.625 | 4.250 | 14.125
5233905 | 6 36.000 | 2.750 | 13.750 | 3.750 | 5.000 | 14.125

Dimensions are nominal

Schedule 40 22-1/2° Elbow 48" Radius Bell End

I Part Trade op R P “S” ‘B’ @
J Number | Size | T O H ol MmN | mIN
g (GI"»US 5233995 | 1-1/4 | 48.000 | 3.625 | 18.375 | 2.000 | 1.500 | 18.875
' 5233984 | 2 48000 | 3.625 | 18.375 | 2.000 | 2.000 | 18.875
- 5233907 | 3 48.000 | 3.625 | 18.375 | 3.125 | 2500 | 18.875
Schedule 40 22-1/2° Elbow 18” Radius Bell End
5233932 | 4 48.000 | 3.625 | 18.375 | 3.375 | 3250 | 18.875
Part Trade “R” “«o? “H ESE ‘B’ “W
Number | Size MIN | MIN 5233931 | 5 48000 | 3.625 | 18.375 | 3.625 | 4.250 | 18.875
5233902 | 1 18.000 | 1.375 | 6.875 | 1.875 | 1.500 | 7.063 5233862 | 6 48000 | 3.625 | 18.375 | 3.750 | 5.000 | 18.875
5233908 | 1-1/2 | 18.000 | 1.375 | 6.875 | 2.000 | 2.000 | 7.063 Dimensions are nominal
5233639 | 2 18.000 | 1.375 | 6.875 | 2.000 | 2.000 | 7.063
5233936 | 2-1/2 | 18.000 [ 1.375 | 6.875 | 3.000 | 2.250 | 7.063
5233845 | 3 18.000 | 1.375 | 6.875 | 3.125 | 2500 | 7.063
5234016 | 4 18.000 | 1.375 | 6.875 | 3375 | 3250 | 7.063 Schedule 40 22-1/2° Elbow 60” Radius Bell End
Dimensions are nominal Part | Trade |z o a4 S “B” @
Schedule 40 22-1/2° Elbow 24” Radius Bell End Number | Size MIN | MIN
cneduie - ow adius be n
5234013 | 2 60.000 | 4.563 | 23.000 | 2.000 | 2.000 | 23.563
Part Trade ] “o a4y ESH “‘B” «qr
Number | Size MIN | MIN 5233899 | 3 60.000 | 4563 | 23.000 | 3.125 | 2500 | 23.563
5036425 | 1-1/4 | 24.000 | 1.813 | 9.188 | 2000 | 1500 | 9.438 5234012 | 4 60.000 | 4563 | 23.000 | 3.375 | 3.250 | 23.563
5233915 | 2 24000 | 1.813 | 9.188 | 2.000 | 2.000 | 9438 5233961 | 5 60.000 | 4.563 | 23.000 | 3.625 | 4.250 | 23.563
5234019 | 2-1/2 | 24.000 | 1.813 | 9.188 | 3.000 | 2250 | 9.438 5234065 | 6 60.000 | 4.563 | 23.000 | 3.750 | 5.000 | 23.563
5033003 | 3 24000 | 1.813 | 9.188 | 3125 | 2500 | 9.438 Dimensions are nominal
5233909 | 4 24000 | 1.813 | 9.188 | 3.375 | 3.250 | 9.438
5233917 | 6 24000 | 1.813 | 9.188 | 3.750 | 5.000 | 9.438

Dimensions are nominal

Schedule 40 22-1/2° Elbow 150” Radius Bell End

Schedule 40 22-1/2° Elbow 30” Radius Bell End Part Trade e 0P “p “S” “B” W
Number | Size MIN | MIN
Part Trade R “ “ “g” ‘B’ o
Number | Size MIN MIN 5234014 | 2 150.000 | 11.375 | 57.375 | 2.000 | 2.000 | 58.875
5233810 | 2 30.000 | 2.250 | 11.500 | 2.000 | 2.000 | 11.750 5233887 | 3 150.000 | 11.375 | 57.375 | 3.125 | 2.500 | 58.875
5233821 | 3 30.000 | 2250 | 11.500 | 3.125 | 2,500 | 11.750 5233870 | 4 150.000 | 11.375 | 57.375 | 3.375 | 3.250 | 58.875
5233948 | 4 30.000 | 2.250 | 11.500 | 3.375 | 3.250 | 11.750 5233960 | 5 150.000 | 11.375 | 57.375 | 3.625 | 4.250 | 58.875
5233900 | 5 30.000 | 2.250 | 11.500 | 3.625 | 4.250 | 11.750 5234055 | 6 150.000 | 11.375 | 57.375 | 3.750 | 5.000 | 58.875

Dimensions are nominal
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Rigid Nonmetallic Sch. 40 Elbows - Special Radius

Schedule 40 11-1/4° Elbow Special Radius - Bell End

Schedule 40 11-1/4° Elbow 36” Radius Bell End

Part Trade T o L ‘S? “B” e
Number | Size | R 0 H ol min | MiN L
5233963 | 2 36.000 | .688 | 7.000 | 2.000 | 2.000 | 7.063
5234129 | 2-1/2 | 36.000 | .688 | 7.000 | 3.000 | 2250 | 7.063
— - 5234082 | 3 36.000 | .688 | 7.000 | 3.125 | 2500 | 7.063
/ 5233910 | 4 36.000 | .688 | 7.000 | 3375 | 3250 | 7.063
~" / " 5233914 | 5 36.000 | 688 | 7.000 | 3625 | 4250 | 7.063
] 5233987 | 6 36.000 | .688 | 7.000 | 3750 | 5.000 | 7.063
II [‘ Dimensions are nominal
T .
| | Schedule 40 11-1/4° Elbow 48" Radius Bell End
| |
| | Part Trade | «g» «y ayp “S” “B” wn
wor |11 Number | Size | T O H ol MmN | MiN L
| } 5233990 | 4 48000 | 938 | 9.375 | 3375 | 3250 | 9438
: I 5233077 | 5 48000 | 938 | 9.375 | 3625 | 4250 | 9438
L | o
T ol ( ) . 5134078 | 6 48000 | .938 | 9.375 | 3.750 | 5.000 | 9.438
LisTES! v Dimensions are nominal
SCheduIe 40 11_1/40 EIbOW 24" Radius Be" End Schedule 401 1'1/4° Elbow 120” Radius Be“ End
e — Part | Trade | po A ap “q “B o
shat TRl e | oo | | e | | Number [ Size | R | O | M fmin [ mn | T
233974 | 2 vl | e [ eem | aen || 4oe 5234023 | 4 120.000 | 2.313 | 23.438 | 3.375 | 3.250 | 23.563
Dimensions are nominal
5233991 | 4 24000 | 469 | 4688 | 3375 | 3250 | 4.719
5233965 | 5 24000 | 469 | 4688 | 3625 | 4250 [ 4719 | Schedule4011-1/4°Elbow 150”Radius Bell End
Dimensions are nominal Part Trade = = aLp ESE “B” |
Number | Size | R 0 H ol min | miN L
5233911 | 2 150,000 | 2.875 | 29.250 | 2.000 | 2.000 | 29.438
. 5234047 | 3 150.000 | 2.875 | 29.250 | 3.125 | 2500 | 29.438
Schedule 40 11-1/4° Elbow 30” Radius Bell End
— — 5233912 | 4 150.000 | 2.875 | 29.250 | 3.375 | 3.250 | 29.438
Part Trade “q “or 4 S B o
Number | Size MIN MIN 5234122 | 5 150.000 | 2.875 | 29.250 | 3.625 | 4.250 | 29.438
5233988 | 6 30000 | 563 | 5875 | 3750 | 5.000 | 5.875 5234048 | 6 150.000 | 2.875 | 29.250 | 3.750 | 5.000 | 29.438
Dimensions are nominal Dimensions are nominal

[y
34 :AN I =)( CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com



Schedule 80 90° Elbow - Plain End

Rigid Nonmetallic Sch. 80 Elbows - Standard Radius

Part Trade | Carton | g o aq iy qr Conforms to UL651 and
Number Size Qty. MIN NEMA TC3
5121053 12 50 4.000 | 4.000 | 4.000 | 1.500 6.250 Material is Rigid PVC
5121054 3/4 35 4500 | 4.500 | 4.500 | 1.500 | 7.125 | Bend Tolerance is +2°
5121055 1 20 5750 | 5750 | 5.750 | 1.875 | 9.000
5121056 1-1/4 30 7250 | 7.250 | 7.250 | 2.000 | 11.375 (ell.b)us
5121057 1-1/2 30 8.250 | 8.250 | 8.250 | 2.000 | 13.000 "
5121058 2 15 9.500 | 9.500 | 9.500 | 2.000 | 15.000 !
5121059 2-1/2 18 10.500 | 10.500 | 10.500 [ 3.000 | 16.500
5121060 3 14 13.000 | 13.000 | 13.000 | 3.125 | 20.375 i
5121068 3-1/2 12 15.000 | 15.000 | 15.000 | 3.250 | 23.500
5121061 4 10 16.000 | 16.000 | 16.000 | 3.375 | 25.125 7
5121062 5 30* 24.000 | 24.000 | 24.000 | 3.625 | 37.625
5121063 6 25* 30.000 | 30.000 | 30.000 | 3.750 | 47.125 l "o"
* Pallet Quantity Dimensions are nominal
Schedule 80 45° Elbow - Plain End
Part Trade | Carton [« o b “S” «» | Conforms to UL651 and
Number Size Qty. MIN NEMA TC3
5121003 1/2 50 4.000 | 1.188 | 2.875 | 1.500 | 3.125 Material is Rigid PVC
5121004 3/4 25 4500 | 1.313 | 3.188 | 1.500 | 3.500 | Bend Tolerance is +2°
5121005 1 20 5750 | 1.688 | 4.000 | 1.875 | 4.500 wreRe,
5121006 1-1/4 25 7250 | 2125 | 5.125 | 2.000 | 5.688 (ell.b)us
5121007 1-1/2 20 8.250 | 2.375 | 5.875 | 2.000 | 6.500 '“E
5121008 2 10 9.500 | 2.813 | 6.750 | 2.000 | 7.500
5121009 2-1/2 20 10.500 | 2.563 | 7.375 | 3.000 | 8.250
5121010 3 8 13.000 | 3.813 | 9.188 | 3.125 | 10.250 e
5121011 4 20 16.000 | 4.688 | 11.438 | 3.375 | 12.625
5121012 5 30" 24.00 | 7.000 | 17.000 | 3.625 | 18.875
5121013 6 25* 30.000 | 8.813 | 21.250 | 3.750 | 23.875 /

* Pallet Quantity

Dimensions are nominal
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Rigid Nonmetallic Sch. 80 Elbows - Standard Radius

Schedule 80 30° Elbow - Plain End

Conforms to UL651 and Part Trade | Carton e “o “p “S” W
NEMA TC3 Number Size Qty. MIN
Material is Rigid PVC 5121000 1/2 50 4.000 500 | 2.000| 1.500 | 2.125
Bend Tolerance is +2° 5121001 3/4 25 4.500 625| 2250 1500 2375
5121002 1 20 5.750 750 | 2.875| 1.875| 3.000
( D“s 5121106 1-1/4 25 7250 | 1.000| 3.625| 2.000| 3.813
5121850 1-1/2 20 8250 | 1.063| 4.125| 2.000| 4.313
7\5 5121108 2 10 9500 | 1.250 | 4.750 | 2.000 | 5.000
/ 5121109 2-1/2 20 10.500 | 1.438 | 5250 | 3.000| 5.500
5121110 3 8 13.000 | 1.750 | 6500 | 3.125| 6.813
~ H
J 7°° R 5121111 4 20 |16.000| 2063 | 8000| 3.375| 8375
? ] 5121112 5 30* | 24.000 | 3.188| 12.000 | 3.625| 12.563
S
5121113 6 25* | 30.000 | 4.000 | 15.000 | 3.750 | 15.688
0 * Pallet Quantity Dimensions are nominal
Schedule 80 22-1/2° Elbow - Plain End
Part Trade Carton = . L ESE @
Conforms to UL651 and Niber o Q. R o) H MIN |
NEMA TC3
. 5136649 1-1/2 25 8250 | .625 | 3.125 | 2.000 | 3.250
Material is Rigid PVC
Bend Tolerance is +2°° 5136659 2 10 9500 | 750 | 3.625 | 2.000 | 3.750
5136669 2-1/2 20 10.500 | .813 | 4.000 | 3.000 | 4.125
( ) 5136679 3 8 13.000 | 1.000 | 5.000 | 3.125 | 5.125
us
5121868 4 20 16.000 | 1.250 | 6.125 | 3.375 | 6.250
5121125 5 *60 | 24.000 | 1.813 | 9.188 | 3.625 | 9.375
* Pallet Quantity Dimensions are nominal
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Schedule 80 90° Elbow - Bell End

Rigid Nonmetallic Sch. 80 Elbows - Standard Radius

e [ 52 [ [ [ | i ]

5221056 | 1-1/4 30 7250 | 7.250 | 7.250 | 2.000 | 1.500 | 11.375
5221057 | 1-1/2 30 8.250 | 8.250 | 8.250 | 2.000 | 2.000 | 13.000
5221058 | 2 15 9.500 | 9.500 | 9.500 | 2.000 | 2.000 | 15.000
5221059 | 2-1/2 18 10.500 | 10.500 | 10.500 | 3.000 | 2.250 | 16.500
5221060 | 3 14 13.000 | 13.000 | 13.000 | 3.125 | 2.500 | 20.375
5221061 | 4 10 16.000 | 16.000 | 16.000 | 3.375 | 3.250 | 25.125
5221062 | 5 30" | 24.000 | 24.000 | 24.000 | 3.625 | 4.250 | 37.625
5221117 | 6 25" | 30.000 | 30.000 | 30.000 [ 3.750 | 5.000 | 47.125

* Pallet Quantity

Dimensions are nominal

Part Trade | Carton ‘R “o” g “S” “‘B” Wn
Number Size Qty. MIN MIN
5221006 | 1-1/4 25 7250 | 2.125 | 5.125 | 2.000 | 1.500 | 5.688
5221007 | 1-1/2 20 8.250 | 2.438 | 5.813 | 2.000 | 2.000 | 6.500
5221008 | 2 10 9.500 | 2.813 | 6.750 | 2.000 | 2.000 | 7.500
5221009 | 2-1/2 20 10.500 | 3.063 | 7.438 | 3.000 | 2.250 | 8.250
5221010 | 3 8 13.000 | 3.813 | 9.188 | 3.500 | 2.500 | 10.188
5221011 | 4 20 16.000 | 4.688 | 11.188 | 3.375 | 3.250 | 12.563
5221012 | 5 30* 24.000 | 7.000 | 17.000 | 3.625 | 4.250 | 18.875
5221013 | 6 25* | 30.000 | 8.875 | 21.250 | 3.750 | 5.000 | 23.563

* Pallet Quantity
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Dimensions are nominal

Conforms to UL651
and NEMATC3

Material is Rigid PVC
Bend Tolerance is +2°

| o

Conforms to UL651
and NEMATC3

Material is Rigid PVC
Bend Tolerance is +2°
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Rigid Nonmetallic Sch. 80 Elbows - Standard Radius

Schedule 80 22-1/2° Elbow - Bell End

Conforms to UL651 and Part Trade

Carton | «go “or “H “S” “B” o
NEMA TC3 Number Size Qty. MIN MIN
Material is ngld PVC 5221052 | 2 10 9.500 .750 3.625 | 2.000 | 2.000 | 3.750
Bend Tolerance is +2° 5236679 | 3 8 |13.000| 1.000 | 5.000 | 3.125 | 2.500 | 5.125
\WERTE, 5221868 | 4 10 | 16.000 | 1.250 | 6.125 | 3.375 | 3.250 | 6.250
( )Us 5221116 | 6 *25 | 30.000 | 2.250 | 11.500 | 3.750 | 5.000 | 11.750
* Pallet Quantity Dimensions are nominal
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Rigid Nonmetallic Sch. 80 Elbows - Special Radius

Schedule 80 90° Elbow Special Radius - Plain End

Schedule 80 90° Elbow 36” Radius Plain End
Part Trade F e P S apn
Number | Size | R 0 H MIN
5121080 | 1 36 36 36 1.875 | 56.500
5121084 | 1-1/4 36 36 36 2.000 | 56.500
"H' 5121100 | 1-1/2 36 36 36 2.000 | 56.500
5121021 | 2 36 36 36 2.000 | 56.500
5121016 | 2-1/2 36 36 36 3.000 | 56.500
5121081 | 3 36 36 36 3.125 | 56.500
_ 5121023 | 4 36 36 36 3.375 | 56.500
5121083 | 5 36 36 36 3.625 | 56.500
5121073 | 6 36 36 36 3750 | 56.5
Dimensions are nominal
‘ Schedule 80 90° Elbow 48" Radius Plain End
"O" Part Trade o “y wy “S” wn
' Number Size R O H MIN L
5121065 | 1 48 48 48 1.875 | 75.375
. . 5121076 | 1-1/2 48 48 48 2,000 | 75.375
Schedule 80 90° Elbow 18” Radius Plain End
- — = 5121075 | 2 48 48 48 2,000 | 75.375
Number | Size | ° | @ Hofmn | T 5121030 | 2-1/2 | 48 48 48 | 3.000 | 75.375
5121846 | 1 18 18 18 1.875 | 28.250 5121082 | 3 48 48 48 3.125 | 75.375
5119822 | 1-1/4 18 18 18 2.000 | 28.250 5121024 | 4 48 48 48 3.375 | 75.375
5121848 | 1-1/2 18 18 18 2.000 | 28.250 5121025 | 5 48 48 48 3.625 | 75.375
5121099 |2 18 18 18 2.000 | 28.250 5121026 | 6 48 48 48 3.750 | 75.375
5121027 | 2-1/2 18 18 18 3.000 | 28.250 Dimensions are nominal
5121079 | 3 18 18 18 3.125 | 28.250 Schedule 80 90° Elbow 60” Radius Plain End
Dimensions are nominal wQn
Part Trade =P . e S |
Number | Size | 1 O H MIN L
Schedule 8090° EIbOW 24" Radlus Plaln End 5121102 1-1/2 60 60 60 2.000 94.250
woat | Tade | e | o Hol o | 5121086 | 2 60 60 60 | 2.000 | 94.250
5121018 | 1 24 24 24 | 1.875 | 37.750 5136970 |3 60 60 60 | 3.125 | 94.250
5119824 | 1-1/4 | 24 24 24 | 2.000 | 37.750 5121085 | 4 60 60 60 | 3.375 | 94.250
5121015 | 1-1/2 | 24 24 24 | 2000 | 37.750 5121017 |5 60 50 60 | 3625 | 94.250
5121019 | 2 24 24 24 | 2.000 | 37.750 5121087 |6 60 60 60 | 3.750 [ 94.250
Dimensions are nominal
5121028 | 2-1/2 24 24 24 3.000 | 37.750
5121020 | 3 - 2 o e | emom Schedule 80 90° Elbow 72” Radius Plain End
Part Trad . s wp “g” .
5121022 | 4 24 | 24 | 24 | 3375 [s7.750 Number | Soe | R ¢ H | v
Dimensions are nominal [~ 5451070 | 3 72 72 72 | 3125 [ 113.125
Schedule 80 90° Elbow 30" Radius Plain End 5136971 6 72 | 72 | 72 | 3750 [ 113125
Part Trade = Dimensions are nominal
Number | Size | R O H | MmN L
5121071 | 2 30 30 30 2.000 | 47.125 . .
s121052 | 212 = = - w050 | s Schedule 80 90° Elbow 120” Radius Plain End
: . Part Trade R “o “H ESE e
5136570 3 30 30 30 3.125 | 47.125 Number Size MIN
5136580 | 4 30 30 30 3.375 | 47.125 5133927 | 4 120 120 120 | 3.375 | 188.500
Dimensions are nominal Dimensions are nominal

. [
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Rigid Nonmetallic Sch. 80 Elbows - Special Radius

Schedule 80 45° Elbow Special Radius - Plain End

Schedule 80 45° Elbow 36" Radius Plain End
Part Trade = “o “ “g” @

Number Size MIN
5136502 | 1 36.000 | 10500 | 25.500 | 1.875 [ 28.250
5136514 | 1-1/4 | 36.000 | 10.500 | 25.500 | 2.000 | 28.250
5136533 | 1-1/2 | 36.000 | 10.500 | 25.500 | 2.000 | 28.250
5121008 | 2 36.000 | 10500 | 25.500 | 2.000 [ 28.250
"H" 5121150 | 2-1/2 | 36.000 | 10.500 | 25.500 | 3.000 | 28.250
5121077 |3 36.000 | 10500 | 25.500 | 3.125 [ 28.250
5119821 | 4 36.000 | 10500 | 25.500 | 3.375 [ 28.250
5119820 |5 36.000 | 10.500 | 25.500 | 3.625 | 28.250
£ 5121072 | 6 36.000 | 10500 | 25.500 | 3.750 [ 28.250

Dimensions are nominal

\WTERTE,

€.

Schedule 80 45° Elbow 48” Radius Plain End

o ” : : Part Trade «my “«y wyp “S” »
Schedule 80 45° Elbow 18” Radius Plain End Number Size R (0] H MIN
ahart TRl e | oo | o | | 5136515 | 1-1/4 [ 48.000 | 14.000 | 34.000 | 2.000 | 37.688
5121971 | 1 18.000 | 5250 | 12.75 | 1.875 | 14.125 5121093 | 2 48.000 | 14.000 | 34.000 | 2.000 | 37.688
5136511 | 1-1/4 | 18.000 | 5250 | 12.75 | 2.000 | 14.125 5121078 |3 48.000 | 14.000 | 34.000 | 3.125 | 37.688
5121037 1-1/2 | 18.000 | 5.250 12.75 2000 | 14125 5121091 4 48.000 | 14.000 | 34.000 | 3.375 | 37.688
5136551 2 18.000 | 5.250 12.75 2000 | 14.125 5121948 5 48.000 | 14.000 | 34.000 | 3.625 | 37.688
5136561 2.1/2 18.000 | 5.250 12.75 3.000 | 14.125 5119830 6 48.000 | 14.000 | 34.000 | 3.750 | 37.688
Dimensions are nominal Dimensions are nominal
Schedule 80 45° Elbow 24" Radius Plain End
NEr?nrlg o 'I'sr?zdee R “o a4 M?N @ . } . .
Schedule 80 45° Elbow 60” Radius Plain End
5136500 1 24.000 | 17.000 | 7.000 1.875 | 18.875
Part Trade R “o “ =St an

5136512 1-1/4 | 24.000 | 17.000 | 7.000 2.000 | 18.875 Number Size MIN

5163533 1-1/2 | 24.000 | 17.000 | 7.000 | 2.000 | 18.875 5136840 1-1/2 | 60.000 | 17.625 | 34.000 | 2.000 | 47.125
5121101 2 24.000 | 17.000 | 7.000 | 2.000 | 18.875 5136850 2 60.000 | 17.625 | 34.000 | 2.000 | 47.125
5121943 2-1/2 | 24.000 | 17.000 | 7.000 3.000 | 18.875 5136860 2-1/2 |1 60.000 | 17.625 | 34.000 | 3.000 | 47.125
5121014 3 24.000 | 17.000 | 7.000 | 3.125 | 18.875 5136810 3 60.000 | 17.625 | 34.000 | 3.125 | 47.125
5121089 4 24.000 | 17.000 | 7.000 | 3.375 | 18.875 5121122 4 60.000 | 17.625 | 34.000 | 3.375 | 47.125

Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 80 Elbows - Special Radius

Schedule 80 30° Elbow Special Radius - Plain End

30°

/ R

Schedule 80 30° Elbow 24" Radius Plain End

e [ G2 [0 [ [ ]
5136505 | 1 24.000 | 3.188 | 12.000 [ 1.875 | 12.563
5136536 | 1-1/2 | 24.000 | 3.188 | 12.000 [ 2.000 | 12.563
5136554 | 2 24.000 | 3.188 | 12.000 | 2.000 | 12.563
5136573 | 3 24.000 | 3.188 | 12.000 [ 3.125 | 12.563
5136582 | 4 24,000 | 3.188 | 12.000 | 3.375 | 12.563

Dimensions are nominal

Schedule 80 30° Elbow 36” Radius Plain End

/ Part Trade | «m» A e “S” @n
l Number Size R O H MIN L
5136538 | 1-1/2 | 36.000 | 4.813 | 18.000 | 2.000 | 18.875
‘ 5121094 | 2 36.000 | 4.813 | 18.000 | 2.000 | 18.875
0 €Tb us 5136566 | 2-1/2 | 36.000 | 4.813 | 18.000 | 3.000 18.875
5136575 | 3 36.000 | 4.813 | 18.000 | 3.125 | 18.875
5121114 | 4 36.000 | 4.813 | 18.000 | 3.375 18.875
5136587 | 5 36.000 | 4.813 | 18.000 | 3.625 18.875
5136595 | 6 36.000 | 4.813 | 18.000 | 3.750 | 18.875
Dimensions are nominal
Schedule 80 30° Elbow 48” Radius Plain End
Part Trade o A U S e
Schedule 80 30° Elbow 18" Radius Plain End Number 1 Size
chedule 80 30" Elbow 18" Radlius Plain En 5121123 | 4 48.000 | 6.438 | 24.000 | 3375 | 25.125
woat jTadel e | o | o |y | 5121115 48.000 | 6.438 | 24.000 | 3625 | 25.125
5136504 1 18.000 | 2.438 | 9.063 | 1.875 | 9.438 5136596 48.000 | 6.438 | 24.000 | 3.750 | 25.125
Dimensions are nominal
5136516 1-1/4 | 18.000 | 2.438 9.063 | 2.000 9.438
5136535 1-1/2 | 18.000 | 2.438 9.063 | 2.000 9.438 ) )
Schedule 80 30° Elbow 60” Radius Plain End
5136553 2 18.000 | 2.438 9.063 | 2.000 9.438
Part Trade ‘R “o “H “S” @
5136566 2-1/2 | 18.000 | 2.438 9.063 | 3.000 9.438 Number Size MIN
5136572 3 18.000 | 2.438 9.063 | 3.125 9.438 5136750 | 2 60 8.063 | 30.000 | 2.000 31.438

Dimensions are nominal

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com
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Rigid Nonmetallic Sch. 80 Elbows - Special Radius

Schedule 80 90° Elbow Special Radius - Bell End

,,,,,,, Schedule 80 90° Elbow 36” Radius Bell End
— T Part Trade |« . w “g” “B” “n
———————————— Number | Size | R O Hol min | min L
5221080 | 1 36.000 [ 36.000 [ 36.000 [ 1.875 | 1.500 | 56.500
5121049 | 1-1/2 [ 36.000 [ 36.000 | 36.000 | 2.000 | 2.000 | 56.500
oy | 5121047 | 2 36.000 [ 36.000 [ 36.000 | 2.000 | 2.000| 56.500
5221100 | 2-1/2 [36.000 [ 36.000 [ 36.000 [ 3.000 | 2.250 | 56.500
5121038 | 3 36.000 [ 36.000 [ 36.000 | 3.125 | 2.500 | 56.500
5221023 | 4 36.000 [ 36.000 [ 36.000 | 3.375 | 3.250 | 56.500
5221083 | 5 36.000 [ 36.000 [ 36.000 | 3.625 | 4.250 | 56.500
— | 5121045 | 6 36.000 [ 36.000 [ 36.000 | 3.750 | 5.000 | 56.500
Dimensions are nominal
||S"
Schedule 80 90° Elbow 48" Radius Bell End
\WIERTE, Part Trade =P A L “S” “‘B” s
\ Number | Size | R 0 H L MmN | MIN L
\ "o us 5221065 | 1 48.000 | 48.000 [ 48.000 | 1.875 | 1.500 | 75.375
| 5236510 | 1-1/4 [ 48.000 [ 48.000 [ 48.000 | 2.000 | 1.500 | 75.375
Schedule 80 90° Elbow 18" Radius Bell End 5221075 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
Pat [Trade [ wmo | oo | ¢ | S | B i 5221030 | 2-1/2 | 48.000 | 48.000 [ 48.000 | 3.000 | 2.250 | 75.375
Number | Size MIN MIN
5221082 | 3 48.000 [ 48.000 [ 48.000 [ 3.125 | 2.500 | 75.375
5221846 | 1 18.000 | 18.000 | 18.000 | 1.875 1500 | 28.250
5001024 | 4 48.000 [ 48.000 [ 48.000 | 3.375 | 3.250 | 75.375
5221079 | 3 18.000 | 18.000 | 18.000 | 3125 [2500 | 28.250
—————— [ 5001025 | 5 48.000 [ 48.000 [ 48.000 | 3.625 | 4.250 | 75.375
5121033 [ 6 48.000 [ 48.000 [ 48.000 | 3.750 | 5.000 | 75.375
Dimensions are nominal
Schedule 80 90° Elbow 60” Radius Bell End
Part Trade Top A L Sk “B” e
Schedule 80 90° Elbow 24” Radius Bell End Number | Sizo B S R
chedule ow 24" Radius Bell En 5021085 | 4 60.000 | 60.000 | 60.000 [ 3.375 [ 3.250 | 94.250
Part | Trade | wgr | «v | wp | " | B un
Nuober | aae | R 0 Ho [ ey | e 5233885 | 5 | 60.000 | 60.000 [ 60.000 [ 3.625 [ 4.250 | 94.250
5221018 | 1 24.000 | 24.000 [ 24.000 | 1.875 | 1.500 | 37.688 | | 5121044 | 6 60.000 | 60.000 | 60.000 | 3.750 | 5.000 | 94.250
5219824 | 1-1/4 | 24.000 | 24.000 | 24.000 | 2.000 | 1.500 | 37.688 Dimensions are nominal
5221015 | 1-1/2 | 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 Schedule 80 90° Elbow 96” Radius Bell End
5121036 | 2 24.000 | 24.000 [ 24.000 | 2.000 | 2.000 | 37.688 oot T Tode E T
Jar T w | o | w [ ST E n
5122028 | 2-1/2 |24.000 | 24.000 | 24.000 | 3.000 | 2.250 | 37.688 umber | oize
5121031 | 3 24.000 [ 24.000 [ 24.000 | 3.125 | 2.500 | 37.688 | 15136973 | 6 96.000 | 96.000 | 96.000 | 3.750 | 5.000 | 150.875
Dimensions are nominal
5021022 | 4 24.000 | 24.000 [ 24.000 | 3.375 | 3.250 | 37.688

Dimensions are nominal

Schedule 80 90° Elbow 120” Radius Bell End

Part Trade «qy «y “pp “S” “‘B” «
Number | Size | R o H | MmN | MiIN
5221120 | 4 120.00 | 120.00 | 120.00 | 3.375 | 3.250 | 188.500
Dimensions are nominal
Schedule 80 90° Elbow 30" Radius Bell End
Part Trade “R” “o" liH! “S” “B" “ Schedule 80 90° Elbow 1 50" Radius Bell End
Number | Size MIN MIN
Part Trade [ «g» “o “H “S” “B” o
5221071 | 2 30.000 | 30.000 | 30.000 | 2.000 | 2.000 | 47.125 Number | Size MIN MIN
5221053 | 2-1/2 | 30.000 | 30.000 | 30.000 | 3.000 | 2.250 | 47.125 5221121 | 4 150.000|150.000|150.000| 3.375 | 3.325 | 235.625
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic Sch. 80 Elbows - Special Radius

Schedule 80 45° Elbow Special Radius - Bell End

Schedule 80 45° Elbow 36" Radius Bell End

NESnréer Téaiizdee R o H M?N M?N T
5221098 | 2 36.000 10.500 | 25.438 | 2.000 | 2.000 | 28.250
5221150 | 2-1/2 36.000 10.500 | 25.438 | 3.000 | 2.250 | 28.250
5221077 | 3 36.000 10.500 | 25.438 | 3.125 | 2.500 | 28.250
5219821 | 4 36.000 10.500 | 25.438 | 3.375 | 3.250 | 28.250
Dimensions are nominal
"H"  Schedule 80 45° Elbow 48" Radius Bell End
e e A e L T
5221078 | 3 48.000 14.000 | 33.938 | 3.125 | 2.500 | 37.688
5221091 | 4 48.000 14.000 | 33.938 | 3.375 | 3.250 | 37.688
h 5221948 | 5 48.000 14,000 | 33.938 | 3.625 | 4.250 | 37.688
5219830 | 6 48000 | 14000 | 33938 | 3750 | 5.000 | 37.688
((IDUS Dimensions are nominal
Schedule 80 45° Elbow 60” Radius Bell End
Nomper | Sos | | O | W [ win [win |
5121949 | 5 60.000 17.563 | 42.375 | 3.625 | 4.250 | 47.125
Schedule 80 45° Elbow 24" Radius Bell End Dimensions are nominal
Part | Trade | ugp o “p ‘S| B W Schedule 80 45° Elbow 150" Radius Bell End
Number | Size MIN MIN — —
5221104 | 1 24000 | 7000 | 17000 | 1875 | 1500 | 18575 | | Nomwer | e | R o | wn | T
5221101 | 2 24.000 | 7.000 | 17.000 | 2.000 2.000 | 18.875 5221090 | 3 150.000 | 43.938 | 106.063 | 3.125 | 2.500 | 117.813
5122943 | 2-1/2 | 24.000 | 7.000 | 17.000 | 3.000 | 2250 | 18.875 | | 5121043 | 4 150.000 | 43.938 | 106.063 | 3.375 | 3.250 [ 117.813
5221014 | 3 24.000 | 7.000 | 17.000 | 3.125 2500 | 18.875 5121097 | 5 150.000 | 43.938 | 106.063 | 3.625 | 4.250 | 117.813
5221089 | 4 24.000 | 7.000 | 17.000 | 3.375 3.250 | 18.875 5136972 | 6 150.000 | 43.938 | 106.063 | 3.750 | 5.000 | 117.813

Dimensions are nominal

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com
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PVC Nonmetallic Conduit Bodies
& Junction Boxes

: 3
¥ >







Rigid Nonmetallic PVC Conduit Bodies

Conduit Bodies - Type LB

SV
I |
| A
| L |
i —-t—h—— o
I 1 I 1
1/2" THROUGH 2" s
gl g ucn
Part Trade | Carton e S s . e Volume o (51
Number | Size | Quantty [ A B C D E | cum PRI
5133663 | 1/2 25 875 | 1313 | 4188 | 4000 | 1.438 43 #6 or smaller
5133664 | 3/4 15 | 1.063 | 1500 | 4938 | 4625 | 1.625 65 #6 or smaller
5133665 | 1 10 | 1313 | 1750 | 5875 | 5375 | 2.000 118 #6 or smaller
5133666 | 1-1/4 10 | 1688 | 2500 | 7.563 | 7.188 | 2.375 25,0 XHHW #1
5133667 | 1-1/2 10 | 1875 | 2625 | 8563 | 8000 | 2750 365 XHHW #2/0
5133668 | 2 5 | 2375 | 3125 | 9813 | 9563 | 3375 63.5 XHHW #4/0
5133669 | 2-1/2 5 | 2875 | 4625 [ 15.000 | 12875 | 4563 | 1980 XHHW 500 MCM
5133670 | 3 5 | 3643 | 4625 | 15.125 | 12.875 | 4563 | 198.0 XHHW 500 MCM
5133671 | 3-1/2 4 | 4000 | 5625 | 16.188 | 12875 | 5500 | 305.0 XHHW 500 MCM
2-1/2’THROUGH 4 5133672 | 4 4 | 4000 [ 5625 [16.188 [ 12875 [ 5500 [ 3050 XHHW 500 MCM
Dimensions are nominal
Conduit Bodies - Type LL
|
' uEu
IIB" l
[ 1 A
IIDII
1/2" THROUGH 2" u “Cr
Part Trade | Carton D o A a0 = Volume o
Number | Size | Quantity A B C D E Cu. In. 3-Wire Fill
5133660 | 1/2 25 | 1313 | 1438 | 4250 | 4000 | 875 43 #6 or smaller
5133661 | 3/4 15 | 1500 | 1625 | 4938 | 4625 | 1.063 65 #6 or smaller
5133662 | 1 10 | 1750 | 2.000 | 6.000 | 5375 | 1.313 1.8 #6 or smaller
5133649 | 1-1/4 10 | 2438 | 2438 | 7625 | 7.188 | 1.625 25,0 XHHW #1
5133648 | 1-1/2 10 | 2625 | 2813 | 8563 | 8.000 | 1.938 365 XHHW #2/0
5133647 | 2 5 | 3063 | 3438 | 9875 | 9500 | 2375 63.5 XHHW #4/0
5133644 | 2-1/2 5 | 4625 | 4625 [ 14938 | 12750 | 2.875 | 1980 XHHW 500 MCM
5133646 | 3 5 | 4625 | 4625 | 15000 | 12813 | 3500 | 198.0 XHHW 500 MCM
5133640 | 3-1/2 4 | 5625 | 5500 | 16.188 | 12.813 | 4000 | 305.0 XHHW 500 MCM
2-1/2"THROUGH 4 5133645 | 4 4 | 5625 | 5500 | 15938 | 12.813 | 4500 | 305.0 XHHW 500 MCM

Dimensions are nominal

) (=
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Rigid Nonmetallic PVC Conduit Bodies

Conduit Bodies - Type LR

un
uAn C
i aYd
D
' , (T I
||
i
|1
g upn
|
B ] ____l___uE"
i
' !

.I_
1/2” THROUGH 2” J,’ J ~ - :
Numer | Sne | Gy | & [ B [ e | o | ' | G 3-Wire Fil
5133650 | 12 25 | 1313 | 1.438 | 4250 | 4000 | 875 43 #6 or smaller
5133651 | 3/4 15 | 1500 | 1625 | 4938 | 4625 | 1.063 65 #6 or smaller
5133652 | 1 10 | 1750 | 2000 | 6000 | 5375 [ 1313 [ 118 #6 or smaller
5133653 | 1-1/4 10 | 2438 | 2438 | 7625 | 7188 | 1625 | 250 XHHW #1
5133654 | 1-1/2 10 | 2625 | 2813 | 8563 | 8000 | 1938 [ 365 XHHW #2/0
5133655 | 2 5 | 3063 | 3438 | 9875 [ 9500 [ 2375 | 635 XHHW #4/0
5133658 | 2-1/2 5 | 4625 | 4625 | 14.938 | 12750 | 2875 | 1980 XHHW 500 MCM
5133656 | 3 5 | 4625 | 4625 [ 15000 [ 12813 | 3500 [ 1980 XHHW 500 MCM
5133659 | 3-1/2 4 | 5625 | 5500 | 16.188 [ 12813 | 4000 [ 3050 XHHW 500 MCM
2-1/2"THROUGH 47 5133657 | 4 4 | 5625 | 5500 [ 15938 [ 12813 | 4500 [ 3050 XHHW 500 MCM

Dimensions are nominal

Conduit Bodies -Type T

L 1

1/2" THROUGH 2’ m <

i || [ w [ [ o [ o [ e [ W] cwen
5133563 | 1/2 25 | 1938 | 1500 | 4625 | 4000 | 875 43 #6 or smaller
5133564 | 8/4 15 | 1500 | 1688 | 5375 | 4625 | 1.063 65 #6 or smaller
5133565 | 1 10 | 1750 | 2.000 | 6563 | 5375 | 1.313 18 #6 or smaller
5133566 | 1-1/4 10 | 2500 | 2500 | 8.188 | 7.188 | 1.688 25.0 XHHW #1
5133567 | 1-1/2 10 | 2625 | 2813 | 9250 | 8.000 | 1.938 365 XHHW #2/0
5133568 | 2 5 | 3125 | 3375 [ 10375 | 9500 | 2.375 635 XHHW #4/0
5133569 | 2-1/2 2 | 4625 | 4625 [ 19.000 | 12875 | 3500 | 1980 XHHW 500 MCM
5133570 | 3 2 | 4625 | 4625 [ 19.000 | 12875 | 3500 | 1980 XHHW 500 MCM
5133572 | 3-1/2 1 | 5563 | 5563 | 20375 | 13.750 | 4.000 | 305.0 XHHW 500 MCM

2-1/2"THROUGH 4 5133571 | 4 1 5563 | 5563 | 20.375 | 13.875 | 4500 | 305.0 XHHW 500 MCM

Dimensions are nominal

[y
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Rigid Nonmetallic PVC Conduit Bodies

Conduit Bodies - Type C

uc "

" D "

=1
— - — — N
1/2" THROUGH 2 U i | R

L
Number | Sos |Gy | A | B | o | o | E [ G| swieF
5133101 | 1/2 25 | 1938 | 1500 | 4625 | 4000 | 875 43 #6 or smaller
5133102 | 3/4 15 | 1500 | 1.688 | 5375 | 4.625 | 1.063 65 #6 or smaller
5133103 | 1 10 | 1750 | 2.000 | 6563 | 5375 [ 1313 | 118 #6 or smaller
5133104 | 1-1/4 10 | 2500 | 2500 | 8188 | 7.188 | 1688 [ 250 XHHW #1
5133105 | 1-1/2 10 | 2625 | 2813 | 9250 | 8000 | 1938 | 365 XHHW #2/0
5133106 | 2 5 | 38125 | 3375 | 10.375 | 9500 | 2375 | 635 XHHW #4/0
5133108 | 2-1/2 5 | 4625 | 4625 | 19.000 | 12875 | 2875 | 1980 XHHW 500 MCM
5133107 | 3 5 | 4625 | 4625 | 19.000 | 12.875 | 3500 | 198.0 XHHW 500 MCM
5133110 | 3-1/2 4 | 5563 | 5563 |20.375 | 13.750 | 4.000 | 305.0 XHHW 500 MCM
2.1/2" THROUGH 4" 5133109 | 4 4 | 4000 | 5563 | 20.188 | 13875 | 4500 | 305.0 XHHW 500 MCM

Dimensions are nominal

Conduit Bodies - Type E

T N |
E T g

! l
. r 1 A
" D n”
1/2 THROUGH 2” ucr
UL
Moy | ot | Saron | o | o | o | o | B | Qe | awieF
5133151 1/2 25 1.313 1.438 4.250 4.000 875 4.3 #6 or smaller
5133152 3/4 15 1.500 1.625 4.938 4.625 1.063 6.5 #6 or smaller
5133153 | 1 10 1.750 2.000 6.000 5.375 1.313 11.8 #6 or smaller
5133154 | 1-1/4 10 2.438 2.438 7.625 7.188 1.625 25.0 XHHW #1
5133155 | 1-1/2 10 2.625 2.813 8.563 8.000 1.938 36.5 XHHW #2/0
5133156 | 2 5 3.063 3.438 9.875 9.500 | 2.375 63.5 XHHW #4/0
5133157 | 2-1/2 5 4.625 4625 | 14.938 | 12.750 | 2.875 198.0 XHHW 500 MCM
5133158 | 3 5 4.625 4.625 | 15.000 | 12.813 | 3.500 198.0 XHHW 500 MCM
5133160 | 3-1/2 4 5.625 5,500 | 16.188 | 12.813 | 4.000 305.0 XHHW 500 MCM
2-1/2” THROUGH 4” 5133159 | 4 4 5.625 5,500 | 15.938 | 12.813 | 4.500 305.0 XHHW 500 MCM

Dimensions are nominal

(=
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Nonmetallic PVC Junction Boxes

Round Junction Box

Part : Carton wpn praes wrn “y?
Number Trade Size Quantity A B C D
5133690 1/2 & 3/4 15 4750 | 4.063 | 1.875 | 1.063

Dimensions are nominal

=

ngr

==
\\w/
LEs
—n

A 4” round enclosure with four entrance hubs
which is surface mounted to a wall or ceiling to
terminate a conduit run or join two to four conduits
at a common point and to allow space for wire
splices. Four screws secure a blank cover to the
box.

Round Floor Box

A cylindrical enclosure designed to be embedded in

a concrete floor with some excess length remaining
above the plane of the floor. Excess is trimmed flush
with the concrete. Sold as a kit with one leveling ring,
4 blank hubs (Stoppers), 4 reducing bushings and one
polyethylene temporary pour lid.

15.0 cubic inch per inch of depth
90.0 cubic inch maximum volume
Minimum concrete depth - 3”

Part

. Carton 567 praes e “y?
Number Trade Size A B C D

Quantity

Floor Box Base
5133760 4-3/4” Hubs, 4-3/4” to 1/2” Reducers, Level 9 6.438 | 3.563 | 4.563 | 6.000
Ring and Pour Cover iy

Floor Box Base

2-3/4” Hubs & 2-1” Hubs i '
5133758 | 5 3410 112’ Reducers., 2-1° to /4" Reduc- 9 6.438 | 3563 | 4563 | 6.000 ___ @ ___

ers, Level Ring and Pour Cover

Dimensions are nominal

Duplex Cover - Bronze

Part ; Carton wpn
Number Trade Size Quantity A
5133678 Duplex Cover - Bronze 10 5.500

Dimensions are nominal

]
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Nonmetallic PVC Junction Boxes

Junction Box

Molded Junction Box

I
A1

Box (Side View)

ncn “A" r“B“
D T e (Side View) '
! HCII f !
0 5 0 T
UL Catagory - QCUP
UL File #E205935
B Q/ e » Lid (Top View) D’ Control #92CM
“C” R l.l.Hll
I
e | L o Fabricated Junction Box
K R IIJ!Y (o a

Box (Top View)

Gasket (Top View) 5 b

1/8

\o

o/
#8by 1/2' r

Gasket (Side View) |

Junction Box Base Cover
Part Trade - Carton
Number Size Description oy Screws
‘A ‘B “‘c’ ‘D" q= = “‘G” “H” “Jr “K” ‘A ‘B “c’ “D”
51 33705' 4x4x2 Molded 10 2.000 2.150 5.375 4.400 4.400 4.000 4.000 250 125 160 240 .370 4.375 4.375 #8x1/2"
5133709' 4x4x4 Molded 10 4.000 4.150 5.375 4.400 | 4.400 4.000 4000 | 250 | .188 | .160 | .240 | .700 4.375 4.375 #8x1/2"
5133707" 4x4x6 Molded 10 6.000 6.150 5.375 4.400 | 4.400 4.000 4000 | 250 | .188 | .160 | .240 | .370 4.375 4.375 #8x1/2"
5133706' 5x5x2 Molded 10 2.000 2.170 6.375 5375 | 5375 5.000 5000 | 250 | .188 | .170 | .180 | .267 5.375 5.375 #8x1/2"
5133710’ 6x6x4 Molded 10 4.000 4.200 7.375 6.438 | 6.438 6.000 6.000 | 250 | .188 | .220 | .180 | .350 6.750 6.750 #8x1/2"
5133711" 6x6x6 Molded 5 6.000 6.250 7.375 6.438 | 6.438 6.000 6.000 | 250 | .188 | .220 | .180 | .350 6.750 6.750 #8x1/2"
5133712' 8x8x4 Molded 5 4.000 4.250 9.375 8625 | 8625 8.000 8000 | 250 | .188 | .220 | .180 | .350 9.000 9.000 | #10x3/4”
5133164’ 8x8x6 Molded 4 6.000 6.250 9.375 8625 | 8625 8.000 8000 | 250 | .188 | .220 | .180 | .350 9.000 9.000 | #10x3/4”
5133708' 8x8x7 Molded 4 7.000 7.250 9.375 8625 | 8.625 8.000 8000 | 250 | .188 | .220 | .180 | .350 9.000 9.000 | #10x3/4”
513371 4' 12x12x4 Molded 2 4.000 4.250 13.625 12.625 | 12.625 11.875 11.875 250 .188 220 220 437 13.000 13.000 | #10x3/4”
5133713' 12x12x6 Molded 2 6.000 6.250 13.750 12,625 | 12.625 11875 | 11.875 | 250 | .188 | 220 | .220 | 437 13.000 | 13.000 | #10x3/4”
**5133163 | 16x14x6 Fab 1 - - - - - - - - - - - - - - -

*5133165 24x18x8 Fab 1 - - - - - - - - - - - - - - -
*5133161 24x18x12 Fab 1 = = = = = = = = = = = = = = -
*5133166 24x24x8 Fab 1 - - - - - - - - - - - - - - -
*5133173 36x24x8 Fab 1 = = = = = = = = = = = = = = =

Dimensions are nominal

* Not UL Listed - 4X NEMA Rating 1. NEMA Ratings for Types, 1, 3, 3S, 4, 4X, 5, 6, and 6P

**
UL Listed with only a Type 1 NEMA Rating

) (=
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PVC Nonmetallic Exposed Boxes
and Weatherproof Covers







Type FSC Single Gang Box

Nonmetallic PVC Exposed Electrical Boxes

Part Trade | Carton wpn P P “ry s “e
Number | Size | Quantity A B C D E F
5133463 12 10 2813 | 4563 | 2.625 | 2.375 | 3.438 875
5133464 3/4 10 2813 | 4563 | 2.625 | 2.375 | 3.438 1.063
5133465 | 1 10 2813 | 4563 | 2.625 | 2.375 | 3.438 1.313
Dimensions are nominal
I
| A |
i
" ol
| 1
o Vi 210 CUIN. ((32414;.20'4') o > \’\ | e
&“ss"’*‘b i \ i
MR : I ! I !
| B |
Type FSC Two Gang Box
Part Trade | Carton apn gy ar “ry pra. pra
Number | Size | Quantity A B C D E F
5133370 12 5 4563 | 4.563 | 3.250 | 2.375 | 5.250 875
5133371 3/4 5 4563 | 4.563 | 3.250 | 2.375 | 5.250 1.063
5133372 | 1 5 4563 | 4563 | 3.250 | 2.375 | 5.250 1.313
Dimensions are nominal
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Nonmetallic PVC Exposed Electrical Boxes

Type FSE Single Gang Box

| T (S o | w o |0 [ e | F
5133363 12 10 2.875 4563 | 2.625 2.375 3.438 .875
5133364 3/4 10 2875 | 4563 | 2625 | 2375 | 3.438 | 1.063
5133365 | 1 10 2875 | 4563 | 2.625 | 2.375 | 3.438 | 1.313
Dimensions are nominal
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VOL, 225,CU. IN. e
(3688 CMY 1FSE (@7 uc D
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Mapne o T © ’
| ugr |

Type FSE Two Gang Box

o eamw[= e[ ]=]~
5133380 1/2 5 4563 | 4.563 | 3.250 | 2.375 | 5.250 875
5133381 3/4 5 4563 | 4563 | 3.250 | 2.375 | 5250 | 1.063
5133382 | 1 5 4563 | 4.563 | 3.250 | 2.375 | 5250 | 1.313

Dimensions are nominal
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Nonmetallic PVC Exposed Electrical Boxes

Type FSS Single Gang Box

5133540 12 10 2813 | 4625 | 2625 | 2375 | 3.500 .875
5133542 3/4 10 2813 | 4625 | 2625 | 2.375 | 3.500 1.063
5133543 | 1 10 2813 | 4625 | 2625 | 2.375 | 3.500 1.313

Dimensions are nominal
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Type FSS Two Gang Box
Part Trade | Carton wpr e ww “ry e e
Number | Size | Quantity A B C D E F
5133390 12 5 4563 | 4.563 | 3.250 | 2.375 | 5.250 .875
5133391 3/4 5 4563 | 4563 | 3.250 | 2.375 | 5250 | 1.063
5133392 | 1 5 4563 | 4.563 | 3.250 | 2.375 | 5250 | 1.313
Dimensions are nominal
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Nonmetallic PVC Exposed Electrical Boxes

Type FSCC Single Gang Box

|G [ [ [0 ]e]
5133544 12 10 2813 | 4625 | 2625 | 2375 | 3.438 .875
5133545 3/4 10 2813 | 4625 | 2625 | 2375 | 3.438 | 1.063
5133546 | 1 10 2813 | 4.625 2.625 2.375 3438 | 1.313

Dimensions are nominal

" A"

S
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Type FSCC Two Gang Box

Part Trade | Carton apn P «w “ry e e
Number | Size | Quantity A B C D E A
5133400 12 5 4563 | 4563 | 3.250 | 2.375 | 5.250 875
5133401 3/4 5 4563 | 4563 | 3.250 | 2.375 | 5.250 | 1.063
5133402 | 1 5 4563 | 4563 | 3250 | 2.375 | 5.250 | 1.313
Dimensions are nominal
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Nonmetallic PVC Exposed Electrical Boxes

Type FDC Single Gang Box

5133310 12 10 2563 | 4563 | 2625 | 2938 | 3.500 .875
5133311 3/4 10 2563 | 4563 | 2.625 | 2.938 | 3.500 | 1.063
5133312 | 1 10 2563 | 4563 | 2625 | 2.938 3.500 | 1.313

Dimensions are nominal

npr

YR
VOL 21.0 CU.IN. (344.2CM )
3/4"FSC (21

"B" ) ‘ nen "D"

v | [ [ w [ o [ o[ v ]
5133300 12 10 2.688 5.875 4.500 2.875 .875
5133301 3/4 10 2688 | 5.875 | 4500 | 2.875 1.063
5133302 | 1 10 2688 | 5.875 | 4500 | 2.875 1.313

Dimensions are nominal
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Nonmetallic PVC Exposed Electrical Boxes

Type FD-Blank Single Gang Box

Part Trade | Carton wpn “ry w “ry «n
Number | Size | Quantity A B C D E
5133420 - 10 2.813 3.313 4.563 3.000 6.375

Dimensions are nominal
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Nonmetallic PVC Weatherproof Covers

Blank Single Gang Cover

Part Trade | Carton wpn “y wn ary wn e «n
Number | Size | Quantity K = C = E i G
5133362 - 50 4750 | 3.000 | 1.875 | 3.313 | 2.875 | 4.625 | 4.375

Dimensions are nominal

<_c4|
ool

upn “D”
eysSlr,‘,a
HapN©e @ @
B
"
— 1
=7 = )
an__r
Blank Two Gang Cover

Part Trade | Carton wp aqy o “ry

Number | Size | Quantity A B C D

5133410 - 25 4688 | 4938 | 3.813 | 3.438

Dimensions are nominal
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Nonmetallic PVC Weatherproof Covers

Single Gang Switch Cover

Part Trade | Carton wpn ug
Number | Size | Quantity
5133361 - 10 2.850 | 5.450

Dimensions are nominal

IIAII
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Wet locations when cover is closed.
Single Gang Toggle Switch Cover
Part Trade | Carton e e ) ary
Number | Size | Quantity H = C =
' 5133330 - 10 4813 | 3.000 | 1.875 | 3.313
| —— AR Dimensions are nominal
ucn
7 N
O G

A" O: “D"

0 Wet locations when cover is closed.
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Nonmetallic PVC Weatherproof Covers

Single Gang Single Receptacle Cover

At | Tadesize | Garon | e | | o

5133350 15 amp 10 2.850 | 4.930 | 1.375
5133320 20 amp 10 2.850 | 4.930 | 1.625
5133321 30 amp 10 2.850 | 4.930 | 1.722
5133322 50 amp 10 2.850 | 4.930 | 2.187

Dimensions are nominal

" Arl

u B "

Wet locations when cover is closed.
L U

BaTTOM COVER

Single Gang GFI Receptacle Cover

Part Trade | Carton “p» B
Number | Size | Quantity
5133348 - 10 2.850 | 4.930

Dimensions are nominal

" B ”

Wet locations when cover is closed.
L BOTTOM COVER
®
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Nonmetallic PVC Weatherproof Covers

Single Gang Duplex Receptacle Cover

Part Trade | Carton wpn g
Number | Size | Quantity
5133352 - 10 2.850 | 4.930

Dimensions are nominal
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0 Wet locations when cover is closed. U
e L BOTTOM COVER

Single Gang Plunger Switch Cover

Part Trade | Carton “pn praes wn “ry e
Number | Size | Quantity A B C D E
5133335 - 10 4813 | 6.250 | 3.000 | 1.875 | 3.313

Dimensions are nominal
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0 Wet locations when cover is closed. ugr
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Nonmetallic PVC Weatherproof Covers

Two Gang GFl & Toggle Switch Cover

Part Trade | Carton e e wrn “y
Number | Size | Quantity A B c D
5133345 - 10 4688 | 4875 | 3.813 | 3.438
Dimensions are nominal
IICII
4 N\
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IIAII % " DII
g N
Wet locations when cover is closed. O e
L S y
" BII

Two Gang Toggle Switch Cover

Wet locations when cover is closed.
upn
L

Part Trade | Carton wp» e wn ary
Number | Size | Quantity o e C =
5133331 - 10 4688 | 4.938 | 3.813 | 3.438

Dimensions are nominal
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Nonmetallic PVC Weatherproof Covers

Two Gang Duplex & Toggle Switch Cover

Part Trade | Carton e = T =
Number | Size | Quantity A e Cc =
5133337 - 10 4688 | 4.875 | 3.813 | 3.438
Dimensions are nominal
IIC n
4 N
0] O
4 N\
upn O: IIDII
Wet locations when cover is closed. N <
N v
IIBII
Two Gang Double Duplex Cover
Part Trade | Carton e = e “ry
Number | Size | Quantity H = C =
5133347 - 10 4688 | 4.875 | 3.813 | 3.438
Dimensions are nominal
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Wet locations when cover is closed.
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Nonmetallic PVC Weatherproof Covers

Single Gang In-Use Cover

Part Carton
Number | PeP | Quantity
5133692 2.250 6
5133694 3.625 6

Standard depth cover for 16 gage or lighter cord sets for
vending machines, holiday lighting, landscape lighting and
portable signs. Plug and outlet protection for any single
gang application.

Meets 2005 NEC 406.8 (B) code.

15 and 20 amps, 125 and 250V receptacles installed in
wet locations shall have an enclosure that is weatherproof
whether or not the attachment plug cap is inserted.

Wet locations when cover is closed.

Includes three patented rotating inserts providing 16 configurations

Two Gang In-Use Cover

Part Carton
Number Depth Quantity
®

5133693 | 2.250 6

Standard depth cover for 16 gage or lighter cord sets for
vending machines, holiday lighting, landscape lighting and
portable signs. Plug and outlet protection for any single gang
application.

Meets 2005 NEC 406.8 (B) code.

Wet locations when cover is closed.

Includes six patented rotating inserts providing 70 configurations

QD
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Fittings for NEMA TC6 & TC8
DB & EB Utility Duct







Fittings for Type EB & DB Duct

Terminal (Male) Adapter

N Erirlge r -I;?Zdee Cértt)? i e = e

1 Lr T 5140103 1/2 | 200 | 1.063 | 1.688 | 1.125
" 5140104 34 | 125 [1.250 | 1.750 | 1.188
l 5140105 | 1 70 | 1.625 | 2.188 | 1500
5140106 | 1-1/4 40 | 2000 | 2.125 | 1.313

W 5140107 | 1-12 30 | 2000 | 2.063 | 1.313

1/2" thru 1-1/2"

Dimensions are nominal

(sp: Part Trade Carton o ur “

Number Size Qty.
5140108 | 2 40 | 2688 | 2.188 [ 1.375
] O N Lo | 5140108 | 2-1/2 20 | 3.313 | 2.875 | 2.000
D 5140110 | 3 40 | 3.938 | 3.000 | 2.188
5140111 | 3-1/2 30 | 4500 | 3.188 | 2.563
5140112 | 4 20 [ 5.000 | 3.438 | 2.563
5140113 | 5 10 | 6.250 | 4.750 | 3.000
W 5140114 | 6 8 | 7.313 | 4.938 | 2.688
2" and Larger 5140055D | 8 2 | - = .

<sp ® * Not UL Listed Dimensions are nominal

Female Adapter

Part Trade Carton A W o
"W" Number Size Qty.
‘ 5140043 1/2 200 1.000 | 1.438 .688
% _ 5140044 3/4 125 1.250 | 1.625 .688
I
: 5140045 1 70 1.563 | 1.875 .875
} 5140046 | 1-1/4 40 | 2000 | 1.938 | 938
! 5140047 1-1/2 30 2250 | 2.125 .938
i 5140048 2 40 2.688 | 2.125 .938
! 5140049 2-1/2 20 3.313 | 3.000 | 1.313
! - 5140050 3 40 4.000 | 3.063 | 1.250
5140051 3-1/2 30 4.500 | 3.000 1.188
5140052 4 20 5.000 | 3.250 1.375
5140053 5 10 6.125 | 3.688 | 1.313
5140054 6 8 7250 | 4.375 1.625
*5140055D | 8 2 9.313 | 7.000 | 2.250
* Not UL Listed Dimensions are nominal
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Fittings for Type EB & DB Duct

TC-6 Longline Coupling with No Center Stop - Fabricated

NErirtt)er TSr?Zdee Cgrttyon ol “w
6121622 | 1-1/2 30 | 1921 | 500
6121623 | 2 20 | 2400 | 6.00
6121625 | 3 25 | 3538 | 6.00
6121626 | 4 15 | 4544 | 675
6121627 | 5 8 |5614| 7.00
6121635 | 6 4 | 6687 | 10.00

Dimensions are nominal
"DIA"

N2

Sch. 40 Longline Coupling with Center Stop - Molded

o | T [ogo [ow [« [
6202000 2 20 2.375 | 4.188 | 2.000
6202005 3 25 3.500 | 6.500 | 3.250
6202010 4 15 4.500 | 7.000 | 3.500

Dimensions are nominal
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TC-6 Coupling with Center Stop - Molded

Fittings for Type EB & DB Duct

o [ B e [0 [ o [ o [
6121636 2 50 |12.500|2.375(1.125] 2.500
6121637 3 25 |3.87513.500|1.625| 2.375
6121638 4 20 |4.875|4.500(2.375| 4.875
6121639 5 8 |6.000 |5.500 |2.500( 5.375
6121640 6 8 |7.000]6.625|2.125| 4.500

Dimensions are nominal

(oD)
—— (D) —

TC-6 Coupling with Center Stop - Fabricated

Dimensions are nominal

6121617| 1-1/2 | 30 [1.921]1.906 | .900 | 1.250|2.060[3.500 T
6121628 | 2 20 |2.400{2.381| .900 |2.250 |2.560 |5.750 F o
6121630 | 3 25 |3.538|3.508 | .875 |2.875|3.775[6.900| I8
6121632| 4 15 |4.544| 4.509 | .750 |3.000 |4.875|7.250 L
6121633 | 5 8 |5.614|5.573[1.100|3.250 |5.975|7.875 | - |
6121634| 6 4 |6.687|6.636 | 1.250 | 3.500 |7.100 | 9.000

Dimensions are nominal

Schedule 40 5° Coupling Bell to Plain End - Molded

6141530 | 3 | 25 |4.313 | 4.000 | 3.000 | 3.500
6141531 | 4 | 25 |5.000 | 4.500 | 3.938 | 4.500 Lo
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Fittings for Type EB & DB Duct

TC6 5° Coupling Bell to Bell End - Fabricated

o | o [ e e e

6151457 2 | 20 | 6.250 | 6.000 | 2.400 | 2.381 | 1.750

6151458 | 3 | 25 | 7.500 | 7.188 | 3.538 | 3.508 | 2.875
6151459 | 4 | 15 | 8.750 | 8.375 | 4.544 | 4.509 | 3.375

6151460 | 5 8 | 10.500 | 10.000 | 5.614 | 5.573 | 4.000
6151461 | 6 4 | 13.000 | 12.438 | 6.687 |06686:s/a5:060

TC-6 Swedged Reducer - Bell to Plain End - Fabricated

"D
Nﬁr?wrkt) o 'I'éaiizdee Cgrtt;n o “D” “p-2” | “DiA? "GDIA" r A‘
5142210 | 3x2 25 7.250 | 2.250 | 3.563 | 3.688
5142211 5x4 8 9.250 | 4.188 | 5.563 | 5.813 i
5142209 6x5 4 9.250 | 5.250 6.625 6.93_8
o
TC-6 End Bells - Fabricated
5124010 2 40 6.00 | 2.375 | 2.500 | 2.125 i
5124012 3 50 6.125 | 3.500 | 3.750 | 3.375
5124014 4 50 6.125 | 4.500 | 4.875 | 4.000 ‘
n
5124015 5 25 7.125 | 5,500 | 5.875 | 5.125 %J
5124017 6 15 7.000 | 6.625 | 7.000 | 6.000
Dimensions are nominal |_7 "ID" ——l
|=—"OD" —=
.
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Fittings for Type EB & DB Duct

Schedule 40 Swedged Reducer - Bell to Plain End - Fabricated

Dimensions are nominal

NE%% or Trade Size | Carton Qty. “rr S%%OT B%L "SPIGOT OD"
5142102 | 2-1/2x2 20 6.625 | 2.375 | 2.890 |
.
5142104 [ 3x2 25 6.688 | 2375 | 3.515 |
5142105 | 3x2-1/2 25 7.313 | 2875 | 3515 |
5142108 | 4x2 10 7.375 | 2375 | 4515 i / ! \\\.
5142109 [ 4x3 15 7.813 | 3500 | 4.515 |
5142107 | 5x4 8 |[11.313| 4500 | 5593 “ I L
5142203 [ 6x5 4 |11.188| 5563 | 6.658 BELLIDT
5142204 | 8x6 2 |11.250| 6.625 | 8.670
Dimensions are nominal
TC-6 End Bells - Molded
Noer | o | Cgen | w | o0t | Lo
5144101 | 1-1/2 50 | 1.550 | 2.120 | 2.510 T
5144102 | 2 40 | 1.580 | 2.600 | 2.870 D oD
5144104 | 3 50 | 2.000 | 3.700 | 4.000
5144106 | 4 50 |2.330 | 4.750 | 5.100 - —
SIDE END
5144108 | 5 25 | 2.500 | 5.930 | 6.300
5144110 | 6 15 | 2.820 | 6.900 | 7.320
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Fittings for Type EB & DB Duct

End Cap
Part Trade | Carton A7 g Meets NEMA TC3 Requirements
Number | Size | Qty. Made of Rigid PVC
5140031 1/2 100 875 875
5140032 3/4 100 1,063 1,063
5140033 | 1 50 1.375 1.250
/_ "A"
5140034 | 1-1/4 25 1.688 1.313 /
5140035 | 1-1/2 25 1.938 1.563 1/2” through 4” have
dome top
5140037 | 2 50 2.375 1.625
5140038 | 2-1/2 25 2.875 2.000
5140039 | 3 25 3.563 2.375
5140036 | 3-1/2 25 4.000 2.313
5140040 | 4 25 4.500 2.375
5140041 | 5 25 5.563 2.500
5140042 | 6 10 | 6625 | 3.000 5"and 6” have
flat top
Dimensions are nominal
Poly Plug
Part Trade Carton @ e g |—@'D-1—]
Number Size Qty. L e bz
5315248 2 70 3.250 1.875 2.438
5315250 3 70 3.813 2.625 3.438
5315252 4 90 4.063 3.688 4.438
5315253 5 45 3813 | 4.750 5.500 o
5315254 6 30 3.813 5.563 6.500
Dimensions are nominal
Poly Plug with Pulling Eye
Part Trade Carton @ 47 “M_o” o
Number Size Qty. oA D2 @
1
5315258 2 70 3.000 2.000 2.500
5315260 3 45 3750 | 2875 | 3500 T
5315262 4 80 3.875 3.750 4500 T
5315263 5 45 3.750 4.875 5.625
5315264 6 35 3.875 5.625 6.875

Dimensions are nominal

[y
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-60 90° Elbow for Type EB & DB Duct Special Radius - Bell End

DBHM-60 90° Elbow 36" Radius Bell End
5123868 | 2 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
5123872 | 3 36.000 | 36.000 | 36.000 | 3.125 | 2.500 | 56.500
"y 5123876 | 4 36.000 | 36.000 | 36.000 | 3.375 | 3.250 | 56.500
5123880 | 5 36.000 | 36.000 | 36.000 | 3.625 | 4.250 | 56.500
5123884 | 6 36.000 | 36.000 | 36.000 | 3.750 | 5.000 | 56.500
Dimensions are nominal

DBHM-60 90° Elbow 48” Radius Bell End

5123865 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375

! "o" 5123869 | 3 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375

5123877 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375

DBHM-60 90° Elbow 18” Radius Bell End 5123881 | 5 48.000 | 48.000 | 48.000 | 3.625 | 4.250 | 75.375

Part Trade " o a gy “B» wy 5123894 | 6 48.000 | 48.000 | 48.000 | 3.750 | 5.000 | 75.375

Number | Size MIN MIN Dimensions are nominal

5123866 | 2 18.000 | 18.000 | 18.000 [ 2.000 | 2.000 | 28.250
5123870 | 3 18.000 | 18.000 | 18.000 | 3.125 | 2.500 | 28.250
5123874 | 4 18.000 | 18.000 | 18.000 | 3.375 | 3.250 | 28.250

Dimensions are nominal

DBHM-60 90° Elbow 60” Radius Bell End

DBHM'60 900 ElbOW 24" Radius Be“ End Part Trade uR” uon uH! “S” “B” w
Number | Size MIN MIN
Part Trade | «g» “o” S “S” ‘B’ W
Number | Size MIN MIN 5123806 | 2 60.000 | 60.000 | 60.000 | 2.000 | 2.000 | 94.250
5123867 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 5123810 | 3 60.000 | 60.000 | 60.000 | 3.125 | 2.500 | 94.250
5123871 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688 5123878 | 4 60.000 | 60.000 | 60.000 | 3.375 | 3.250 | 94.250
5123875 | 4 24.000 | 24.000 | 24.000 | 3.375 | 3.250 | 37.688 5123899 | 5 60.000 | 60.000 | 60.000 | 3.625 | 4.250 | 94.250
5123879 | 5 24.000 | 24.000 | 24.000 | 3.625 | 4.250 | 37.688 5123895 | 6 60.000 | 60.000 | 60.000 | 3.750 | 5.000 | 94.250
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-60 45° Elbow Special Radius - Bell End

DBHM-60 45° Elbow 36” Radius Bell End

e | S | [0 [ [ ]
5123768 | 2 36.000 | 4.813 | 18.000 | 2.000 | 2.000 | 18.875
5123772 | 3 36.000 | 4.813 | 18.000 | 3.125 | 2.500 | 18.875
5123776 | 4 36.000 | 4.813 | 18.000 | 3.375 | 3.250 | 18.875
5123780 | 5 36.000 | 4.813 | 18.000 | 3.625 | 4.250 | 18.875

"H" 5123784 | 6 36.000 | 4.813 | 18.000 | 3.750 | 5.000 | 18.875
Dimensions are nominal

DBHM-60 45° Elbow 48" Radius Bell End

Part Trade ey ! wp “S” ‘B’ wn
° R O H (4
Iloll Number Size MIN MIN
5123769 | 2 48.000 | 6.438 | 24.000 | 2.000 | 2.000 | 25.125
5123745 | 3 48.000 | 6.438 | 24.000 | 3.125 | 2.500 | 25.125
DBHM-60 45° Elbow 18” Radius Bell End 5123779 | 4 48000 | 6.438 | 24.000 | 3375 | 3250 | 25.125
Part Trade g “0 a “S” ‘B’ > 5123781 | 5 48.000 | 6.438 | 24.000 | 3.625 | 4.250 | 25.125
Number | Size MIN MIN
5123794 | 6 48.000 | 6.438 | 24.000 | 3.750 | 5.000 | 25.125
5123766 | 2 18.000 | 2.438 | 9.063 | 2.000 | 2.000 | 9.438 T
5123803 | 3 18.000 | 2.438 | 9.063 | 3.125 | 2.500 | 9.438
5123807 | 4 18.000 | 2.438 | 9.063 | 3.375 | 3.250 | 9.438
Dimensions are nominal
DBHM-60 45° Elbow 24" Radius Bell End
Part [ Trade | ugo ‘0" “H “S” “B” W@ DBHM-60 45° Elbow 60" Radius Bell End
Number | Size MIN MIN
Part Trade ‘] “o 4y “S” “B” «qr
5123767 | 2 24.000 | 3.188 | 12.000 | 2.000 | 2.000 | 12.563 Number | Size MIN MIN
5123771 | 3 24.000 | 3.188 | 12.000 | 3.125 | 2.500 | 12.563 5123748 | 4 60.000 | 8.063 | 30.000 | 3.375 | 3.250 | 31.438
5123775 | 4 24.000 | 3.188 | 12.000 | 3.375 | 3.250 | 12.563 5123782 | 5 60.000 | 8.063 | 30.000 | 3.625 | 4.250 | 31.438
5123789 | 5 24.000 | 3.188 | 12.000 | 3.625 | 4.250 | 12.563 5123795 | 6 60.000 | 8.063 | 30.000 | 3.750 | 5.000 | 31.438
Dimensions are nominal Dimensions are nominal

[y
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-60 30° Elbow Special Radius - Bell End

DBHM-60 30° Elbow 36" Radius Bell End

nurmper | Sss | F | O | M v | win | T

5123770 | 2 36.000 | 4.813 | 18.000 | 2.000 | 2.000 | 18.875

5123759 | 3 36.000 | 4.813 | 18.000 | 3.125 | 2.500 | 18.875

5123760 | 4 36.000 | 4.813 | 18.000 | 3.375 | 3.250 | 18.875

5123761 | 5 36.000 | 4.813 | 18.000 | 3.625 | 4.250 | 18.875

"y 5123918 | 6 36.000 | 4.813 | 18.000 | 3.750 | 5.000 | 18.875
Dimensions are nominal

~ DBHM-60 30° Elbow 48" Radius Bell End

NEr?ﬁrger -g?zdee R o H MSIN MI?N v

5123950 | 2 48.000 | 6.438 | 24.000 | 2.000 | 2.000 | 25.125

0" — 5123951 | 3 48.000 | 6.438 | 24.000 | 3.125 | 2.500 | 25.125

5123919 | 4 48.000 | 6.438 | 24.000 | 3.375 | 3.250 | 25.125

DBHM-60 30° Elbow 18” Radius Bell End 5123959 | 5 48.000 | 6.438 | 24.000 | 3.625 | 4.250 | 25.125
ng%er Té?zdee - o " MS|N M?N " 5123920 | 6 48.000 | 6.438 | 24.000 | 3.750 Ji:ﬁzgns aﬁ!jim

5123785 | 2 18.000 | 2.438 | 9.063 | 2.000 | 2.000 9.438
5123757 | 3 18.000 | 2.438 | 9.063 | 3.125 | 2.500 9.438
Dimensions a6 nomnal DBHM-60 30° Elbow 60" Radius Bell End

Part Trade o o~ U S8 “B” e

DBHM-60 30° Elbow 24” Radius Bell End Number | Size | PRI B RLMINGL MINGL
Dot Tade - p. » = = — 5123812 | 2 60.000 | 8.063 | 30.000 | 2.000 | 2.000 | 31.438
Number | Size MIN MIN 5123952 | 3 60.000 | 8.063 | 30.000 | 3.125 | 2.500 | 31.438
5123799 24.000 | 3.188 | 12.000 | 2.000 | 2.000 | 12.563 5123764 | 4 60.000 | 8.063 | 30.000 | 3.375 | 3.250 | 31.438
5123802 | 3 24.000 | 3.188 | 12.000 | 3.125 | 2.500 | 12.563 5123746 | 5 60.000 | 8.063 | 30.000 | 3.625 | 4.250 | 31.438
5123712 | 4 24.000 | 3.188 | 12.000 | 3.375 | 3.250 | 12.563 5123921 | 6 60.000 | 8.063 | 30.000 | 3.750 | 5.000 | 31.438

Dimensions are nominal
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-60 22-1/2° Elbow Special Radius - Bell End

DBHM-60 22-1/2° Elbow 36" Radius Bell End

o[ EE ] [ [ [ (o]
5123800 | 2 36.000 | 2.750 | 13.750 [ 2.000 | 2.000 | 14.125
5123755 | 3 36.000 | 2.750 | 13.750 | 3.125 | 2.500 | 14.125
5123750 | 4 36.000 | 2.750 | 13.750 | 3.375 | 3.250 | 14.125
5123751 | 5 36.000 | 2.750 | 13.750 | 3.625 | 4.250 | 14.125
5123730 | 6 36.000 | 2.750 | 13.750 | 3.750 | 5.000 | 14.125

Dimensions are nominal

DBHM-60 22-1/2° Elbow 48" Radius Bell End

| G B [ [ o [ v [ | ] @

5123811 | 2 48.000 | 3625 | 18375 | 2000 | 2.000 | 18875

Lo 5123946 | 3 48.000 | 3625 | 18375 | 3.125 | 2500 | 18875

5123738 | 4 48.000 | 3625 | 18375 | 3375 | 3250 | 18875

DBHM-60 22-1/2° Elbow 18" Radius Bell End 5123739 | 5 48.000 | 3625 | 18375 | 3625 | 4.250 | 18.875

nat s e | o | [ | | 5123931 | 6 48.000 | 3625 | 18375 | 3750 | 5.000 | 18875

5123040 | 2 18.000 | 1.375 | 6.875 | 2000 | 2000 | 7.063 pimensions are nominal
5123045 | 3 18.000 | 1.375 | 6875 | 3.125 | 2500 | 7.063
5123740 | 4 18.000 | 1.375 | 6.875 | 3.375 | 3250 | 7.063

Dimensions are nominal

DBHN-60 22-1/2° Elbow 60” Radius Bell End

DBHM-60 22-1/2° Elbow 24" Radius Bell End Part Trade | ums “o iy SP “B W
Number | Size MIN MIN
Part Trade e “ “H “S” ‘B’ o
Number | Size MIN MIN 5123728 | 2 60.000 | 4.563 | 23.000 | 2.000 | 2.000 | 23.563
5125831 | 1-1/2 | 24.000 | 1.813 | 9.188 | 2.000 | 2.000 | 9.438 5123947 | 3 60.000 | 4.563 | 23.000 | 3.125 | 2.500 | 23.563
5123744 | 2 24,000 | 1.813 | 9.188 | 2.000 | 2.000 | 9.438 5123735 | 4 60.000 | 4.563 | 23.000 | 3.375 | 3.250 | 23.563
5123801 | 3 24.000 | 1.813 | 9.188 | 3.125 | 2.500 | 9.438 5123736 | 5 60.000 | 4.563 | 23.000 | 3.625 | 4.250 | 23.563
5123753 | 4 24.000 | 1.813 | 9.188 | 3.375 | 3.250 | 9.438 5123732 | 6 60.000 | 4.563 | 23.000 | 3.750 | 5.000 | 23.563
Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-60 11-1/4° Elbow Special Radius - Bell End

|
|

IlHlv

DBHM-60 11-1/4° Elbow 36” Radius Bell End

e[ [ [ [ ]
5123938 | 2 36.000 | 688 | 7.000 | 2.000 | 2.000 | 7.063
5123704 | 3 36.000 | .688 | 7.000 | 3.125 | 2500 | 7.063
5123720 | 4 36.000 | .688 | 7.000 | 3.375 | 3250 | 7.063
5123724 | 5 36.000 | .688 | 7.000 | 3.625 | 4.250 | 7.063
5123725 | 6 36.000 | .688 | 7.000 | 3.750 | 5.000 | 7.063

Dimensions are nominal

DBHM-60 11-1/4° Elbow 48" Radius Bell End

|
|
i e G2 [ (o [ v [ ]
'St | : 5123937 | 4 48.000 | .938 9.375 | 3375 | 3250 | 9.438
J ‘ I 5123722 | 5 48.000 | .938 9.375 | 3.625 | 4.250 | 9.438
- 1 5123932 | 6 48000 | 938 | 9.375 | 3.750 | 5.000 | 9.438
- +_ O Dimensions are nominal
DBHM-60 11-1/4° Elbow 24" Radius Bell End DBHM-60 11-1/4° Elbow 150” Radius Bell End
e [ G2 [ [0 [ [ Lo | e ] [ B8] m [0 | o [ [] =
5123711 | 3 24.000 | .469 688 | 3375 | 2500 | 4.719 5123703 | 3 150.000 | 2.875 | 29.250 | 3.125 | 2.500 | 29.438
5123700 | 4 24.000 | .469 688 | 3.125 | 3250 | 4.719 5123792 | 5 150.000 | 2.875 | 29.250 | 3.625 | 4.250 | 29.438
5123729 | 5 24.000 | .469 .688 3.625 | 4250 | 4.719 5123733 | 6 150.000 | 2.875 | 29.250 | 3.750 | 5.000 | 29.438
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-120 90° Elbow for Type EB & DB Duct Special Radius - Bell End

DBHM-120 90° Elbow 36” Radius Bell End

Part Trade =g A L “S” “‘B” @
Number | Size | 1 O H | MmN | MmN L

5123862 | 1-1/2 | 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
5125869 | 2 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500

"H" 5125872 | 3 36.000 | 36.000 | 36.000 | 3.125 | 2.500 | 56.500
5125876 | 4 36.000 | 36.000 | 36.000 | 3.375 | 3.250 | 56.500
5125880 | 5 36.000 | 36.000 | 36.000 | 3.625 | 4.250 | 56.500
5125884 | 6 36.000 | 36.000 | 36.000 | 3.750 | 5.000 | 56.500

Dimensions are nominal

"Sll

+

DBHM-120 90° Elbow 48” Radius Bell End

Part Trade ep A L ESH “B” e
Number | Size | R 0 H ol MIN | MIN L

| 5123863 | 1-1/2 | 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
n n
| 0 5125740 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375

DBHM-120 90° Elbow 18” Radius Bell End 5125741 | 3 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375
) T 5125877 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375
Part Trade e “o “ S B o
Number | Size MIN | MIN 5125901 | 5 48.000 | 48.000 | 48.000 | 3.625 | 4.250 | 75.375
5123861 | 1-1/2 18.000 | 18.000 | 18.000 | 2.000 | 2.000 | 28.250 5125885 | 6 48.000 | 48.000 | 48.000 | 3.750 | 5.000 | 75.375
5125862 | 2 18.000 | 18.000 | 18.000 | 2.000 | 2.000 | 28.250 Dimensions are nominal
5125870 | 3 18.000 | 18.000 | 18.000 | 3.125 | 2.500 | 28.250
5125874 | 4 18.000 | 18.000 | 18.000 | 3.375 | 3.250 | 28.250
Dimensions are nominal
DBHM-120 90° Elbow 24" Radius Bell End DBHM-12090° Elbow 60” Radius Bell End
Part Trade | «ap» A U Sk “‘B” o Part Trade | up» oy e “S” ‘B” |
Number | Size | 1 0 Hol min [ min | T Number | Size | T 0 Holmn [ min | T
5125742 | 1-1/2 | 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 5125859 | 2 60.000 | 60.000 | 60.000 | 2.000 | 2.000 | 94.250
5125881 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688 5125873 | 3 60.000 | 60.000 | 60.000 | 3.125 | 2.500 | 94.250
5125871 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688 5125878 | 4 60.000 | 60.000 | 60.000 | 3.375 | 3.250 | 94.250
5125875 | 4 24.000 | 24.000 | 24.000 | 3.375 | 3.250 | 37.688 5125899 | 5 60.000 | 60.000 | 60.000 | 3.625 | 4.250 | 94.250
5125898 | 5 24.000 | 24.000 | 24.000 | 3.625 | 4.250 | 37.688 5125895 | 6 60.000 | 60.000 | 60.000 | 3.750 | 5.000 | 94.250

Dimensions are nominal Dimensions are nominal
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-120 45° Elbow Special Radius - Bell End

DBHM-120 45° Elbow 36" Radius Bell End

5125736 | 1-1/2 | 36.000 | 4.813 | 18.000 | 2.000 | 2.000 | 18.875
5125879 | 2 36.000 | 4.813 | 18.000 | 2.000 | 2.000 | 18.875
5125772 | 3 36.000 | 4.813 | 18.000 | 3.125 | 2.500 | 18.875
5125776 | 4 36.000 | 4.813 | 18.000 | 3.375 | 3.250 | 18.875
5125781 | 5 36.000 | 4.813 | 18.000 | 3.625 | 4.250 | 18.875
5125784 | 6 36.000 | 4.813 | 18.000 | 3.750 | 5.000 | 18.875

DBHM-120 45° Elbow 48" Radius Bell End

Dimensions are nominal

5125769 | 2 48.000 | 6.438 | 24.000 | 2.000 | 2.000 | 25.125
5125737 | 3 48.000 | 6.438 | 24.000 | 3.125 | 2.500 | 25.125
5125744 | 4 48.000 | 6.438 | 24.000 | 3.375 | 3.250 | 25.125
5125783 | 5 48.000 | 6.438 | 24.000 | 3.625 | 4.250 | 25.125
5125796 | 6 48.000 | 6.438 | 24.000 | 3.750 | 5.000 | 25.125

n H n
DBHM-120 45° Elbow 18" Radius Bell End
Part | Trade | wgn | ar A BEER i
Number | Size | R O H ol MIN | MIN L
5125746 | 2 18.000 | 2438 | 9.063 | 2.000 | 2.000 | 9.438
5125747 | 3 18.000 | 2438 | 9.063 | 3.125 | 2500 | 9.438

DBHM-120 45° Elbow 24" Radius Bell End

Dimensions are nominal

DBHM-120 45° Elbow 60" Radius Bell End

Dimensions are nominal

5125815 | 1-1/2 | 24.000 | 3.188 | 12.000 | 2.000 | 2.000 | 12.563 5125748 | 3 60.000 | 8.063 | 30.000 | 3.125 | 2.500 | 31.438
5125767 | 2 24.000 | 3.188 | 12.000 | 2.000 | 2.000 | 12.563 5125738 | 4 60.000 | 8.063 | 30.000 | 3.375 | 3.250 | 31.438
5125774 | 3 24.000 | 3.188 | 12.000 | 3.125 | 2.500 | 12.563 5125782 | 5 60.000 | 8.063 | 30.000 | 3.625 | 4.250 | 31.438
5125753 | 4 24,000 | 3.188 | 12.000 | 3.375 | 3.250 | 12.563 5125795 | 6 60.000 | 8.063 | 30.000 | 3.750 | 5.000 | 31.438

Dimensions are nominal
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Rigid Nonmetallic EB & DB Elbows - Special Radius

DBHM-120 30° Elbow Special Radius - Bell End

DBHM-120 30° Elbow 36" Radius Bell End

Part Trade o GRD Sk “‘B” s
Number | Size | R 0 Hol min | min L

5125842 | 1-1/2 | 36.000 | 4.813 | 18.000 | 2.000 | 2.000 | 18.875

5125754 | 3 36.000 | 4.813 | 18.000 | 3.125 | 2.500 | 18.875
5125761 | 4 36.000 | 4.813 | 18.000 | 3.375 | 3.250 | 18.875
5125792 | 5 36.000 | 4.813 | 18.000 | 3.625 | 4.250 | 18.875
Dimensions are nominal
IlHII
) DBHM-120 30° Elbow 48” Radius Bell End
Part Trade o A P “g” “‘B” @
Number | Size | R 0 Ho [ min | min L
—0 - 5125762 | 4 48000 | 6.438 | 24.000 | 3.375 | 3.250 | 25.125
5125813 | 6 48.000 | 6.438 | 24.000 | 3.750 | 5.000 | 25.125
. Dimensions are nominal
DBHM-120 30° Elbow 18” Radius Bell End
Part Trade oLl w\ wp “S” “B” W »
Number | Size | R 0 H ol min | min U
5125751 | 2 18.000 | 2438 | 9.063 | 2.000 | 2.000 9.438
5125841 | 3 18.000 | 2.438 | 9.063 | 3.125 | 2.500 9.438

Dimensions are nominal

DBHM-120 30° Elbow 60” Radius Bell End

Part Trade R “ “H “S” “B” o
. Number | Size MIN MIN
DBHM-120 30° Elbow 24" Radius Bell End . -
5125819 | 4 60.000 | 8.063 | 30.000 | 3.375 | 3.250 | 31.438
Part Trade R “o “H “S” ‘B’ o
Number | Size MIN MIN 5125803 | 5 60.000 | 8.063 | 30.000 | 3.625 | 4.250 | 31.438
5125818 | 5 24.000 | 3.188 | 12.000 | 2.000 | 4.250 | 12.563 5125816 | 6 60.000 | 8.063 | 30.000 | 3.750 | 5.000 | 31.438
Dimensions are nominal Dimensions are nominal
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Service Entrance Caps,
Meter Offsets, Risers and Spacers







Type EB/DB Accessories

Service Entrance Cap - 1/2” thru 1”

Part Trade | Carton wp» “Ry w ary e “«OE”
A Number | Size Qty. . = % . E oF
5133590 1/2 10 2.875| 2.875 750 | .625 2.188 | .852
5133591 3/4 10 2.875 2.875 .875 438 2125 | 1.064
B
n_ 5133741 1 20 3.313 | 3.625| 1.000| .750 2.375 | 1.330
T T
‘“ | "3 Dimensions are nominal
Cc

Service Entrance Cap - 1-1/4” thru 2”

Part Trade | Carton wpn e “n P o “o\E»
Number | Size Qty. A B C D E oF
R 5133742 | 1-1/4 | 20 | 5000 | 5.000 | 1.250 | 1.375 | 3.313 | 1.667
5133695 | 1-1/2 20 6.500 | 6.500 | 1.750 | 2.000 | 4.250 | 1.918
B
5133743 | 2 5 6.500 | 6.500 | 1.750 | 2.000 | 4.250 | 2.393
Dimensions are nominal
F W)
Service Entrance Cap - 2-1/2” thru 3”
Part Trade | Carton “pn e “w “ry o “oE»
Number | Size Qty. & E % B 3 oF
5133696 2-1/2 5 15.000 | 8.250 | 1.875 | 1.000 | 8.250 | 2.890
5133697 3 5 12.250 | 9.375 1.750 1.000 8.250 3.515
Dimensions are nominal
Service Entrance Cap - 3-1/2” thru 4”
Part Trade | Carton “pn e “w “ry o “o\E»
Number | Size Qty. A B % D E oF
e 5133698 3-1/2 5 12.500 | 11.000 | 2.000 3.125 8.000 | 4.015
Knockouts
B 5133699 | 4 1 16.000 | 11.000 | 2.750 | 2.500 | 10.250 | 4.515
Dimensions are nominal
‘ U
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Type EB/DB Accessories

Meter Offset

Part Trade | Carton | Thread Used to connect a conduit to a
_ { aor | “p-2 | oo :
Number | Size | Qty. | Size meter box. The offset is needed

1625 | 1.625 | 1.375 | 2.000 to move the path of the conduit
away from a wall into the holes in

2.313 | 2.375 | 2.000 | 2.188 a box or meter box.

5133183 | 1-1/4 15

oo

5133185 | 2

Dimensions are nominal

"ID" "OD

"THREAD
SIZE"

Conduit Offset

Plain end section of conduit formed

Part Trade | Carton @ “D” “DIA?
Number | Size | Qty. to go around obstacles or compen-
5133188 | 1/2 o5 | 6375 | 625 | .875 sate for centerline differences in two
conduits.
5133189 | 3/4 25 6.375 | .750 | 1.063 . .
Made from listed Conduit.

Dimensions are nominal

“BDIA™

IR
e - ul?n

I L |

[y
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Type EB/DB Accessories

Fabricated Expansion Joint (Meter Riser)

Assembled from ETL listed product. Part | Trade |Carton| wu | wry | amor | soyar
L .. Number Size Q L ID ID-2 DIA
Material is Rigid PVC u ty.
5144028 | 2 16 | 26.625 | 2.000 | 2.375 | 2.750
5144043 | 3 12 | 24.000 | 3.000 | 3.500 | 4.000
Dimensions are nominal
HLII
IIDIA!I
| |
IIID_2H o _IIIDII
| |

@

Fabricated Expansion Joint (Meter Riser)

Schedule 40

NParg Tsrade C(a)rton ;\IOD" ';‘A'I_"’ Tr-le-l'?:ie o
CANTEX PVC Schedule 40 and 80 Service Risers provide umper | >e . | Nom) | M) | Size
permanent protection for underground services where they 5133726 | 2 140 | 2.375 | .154 | 2.000 | 140
emerge from the ground to enter structures or enclosures.

_ 5133728 | 2-1/2 | 135 | 2875 | 203 | 2500 | 140

Formed from ETL Listed CANTEX PVC Schedule 40 and 80
conduit, these risers are resistant to impact, will not corrode 5133730 | 3 81 | 3500 | .216 | 3.000 | 140
and eliminate shock hazards.

5136008 | 4 51 | 4500 | 237 | 4.000 | 140
Their use assures compliance with Article 300-5 of the T —————
National Electrical Code.

Schedule 80

INCLUDES TERMINAL (MALE) ADAPTER CEMENTED AT Part tade | caon T RIE S TrTaAde -
TOP END. Number | Size | Qiy. | (Nom) | (Min) | &3¢
7 Lengths 5133729 | 2 140 | 2.375 | 218 | 2.000 | 140
Rated for 90° Cable

5133731 | 3 81 | 3500 | .300 | 3.000 | 140

5133732 | 4 51 | 4500 | .337 | 4.000 | 140

Dimensions are nominal
[ L |
TA Size 0O.D.
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Type EB/DB Accessories

Schedule 40 & 80 Service Riser with 45° Bend, Bell End

CANTEX PVC Schedule 40 and DB-120 Service Risers with a 40° bend provide permanent protection for underground
services where they emerge from the ground. The 45° bend eliminates the cost, time and labor to install a separate
elbow. Formed from ETL Listed CANTEX Schedule 40 and DB-120 conduit that are resistant and UV light, their use
assures compliance with Article 300-5 of the National Electrical Code.

Part " - Carton ey “«y wqn “B” a» wp AP
Number Size Description Qty. R O S Min. L H ‘W
5283768 | 2 Sch. 40 45° Hockey Stick 1 24.00 | 7.00 | 38.00 | 2.00 | 19.00 | 60.00 | 14.00
Dimensions are nominal
Part : e Carton | «» «y» aqn ‘B’ wn ar AP
Number Size Description Qty. R O S Min. L H ‘W
5122030 | 2 Sch. 80 45° x 24” Radius w/60” Riser 1 24.00 | 7.00 | 38.00 | 2.00 | 19.00 | 60.00 | 14.00

5222035 | 2-1/2 | Sch. 80 45° x 24” Radius w/63.5” Riser 1 24.00 | 7.00 | 38.00 | 2.50 | 19.00 | 60.00 | 14.00

5122032 | 3 Sch. 80 45° x 24” Radius w/60” Riser 1 24,00 | 7.00 | 38.00 | 3.00 | 19.00 | 60.00 | 14.00

5122039 | 4 Sch. 80 45° x 24” Radius w/60” Riser 1 24.00 | 7.00 | 38.00 | 4.00 | 19.00 | 60.00 | 14.00

5122037 | 2-1/2 | Sch. 80 45° x 24” Radius w/80” Riser 1 24.00 | 7.00 | 58.00 | 4.00 | 19.00 | 80.00 | 14.00

5122033 | 3 Sch. 80 45° x 24” Radius w/80” Riser 1 24,00 | 7.00 | 58.00 | 4.00 | 19.00 | 80.00 | 14.00

5122038 | 4 Sch. 80 45° x 24” Radius w/80” Riser 1 24.00 | 7.00 | 58.00 | 4.00 | 19.00 | 80.00 | 14.00

Dimensions are nominal

c_i_..

DBHM-120 Service Riser with 45° Bend, Bell End

Formed of DBHM-120 CONDUIT. Use allows installation to meet requirements of NEC(2011) Article 300.50. Not
for exposed applications.

Part . - Carton
Number Size Description Qty.
5283766 | 1 DB120 45° x 24” Radius 1

[y
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Type EB/DB Accessories

O O\

e 2l

| - |

Material is Polystyrene

Nﬁﬁ{g or Size CartonQty. | “A” “B” i “D” “E” “F “G” “H? “R”
5335961 | 2x1-1/2 100 4.875 | 4250 | 3.000 | .750 | 4.000 | 4.250 | 1.000 | 3.000 | 1.250
5335977 | 2x2 100 4.875 | 4.250 | 3.000 | 1.000 | 4.500 | 4.750 | 1.000 | 3.000 | 1.250
5335979 | 2x3 100 4.875 | 4250 | 3.000 | 1.500 | 5.500 | 5.750 | 1.000 | 3.000 | 1.250
5335963 | 3x1-1/2 90 5.500 | 4.750 | 3.000 | .750 | 5.125 | 5.375 | 1.000 | 3.000 | 1.813
5335964 [ 3x2 80 5.500 | 4.750 | 3.000 | 1.000 | 5.625 | 5.875 | 1.000 | 3.000 | 1.813
5335975 | 3x3 70 5.500 | 4.750 | 3.000 | 1.150 | 6.625 | 6.875 | 1.000 | 3.000 | 1.813
5335971 | 4x1 80 5938 |5.250 | 3.000 | 500 | 5.625 | 5.875 | 1.000 | 3.000 | 2.313
5335968 | 4x1-1/2 75 5.938 |5.313 | 3.000 | .750 | 6.125 | 6.375 | 1.000 | 3.000 | 2.313
5335967 | 4x2 70 5.938 |5.313 | 3.000 | 1.000 | 6.625 | 6.875 | 1.000 | 3.000 | 2.313
5335969 | 4x3 65 5.938 |5.250 | 3.000 | 1.500 | 7.625 | 7.875 | 1.000 | 3.000 | 2.313
5335980 | 5x1-1/2 60 6.500 |5.813 | 3.000 | .750 | 7.813 | 7.438 | 1.000 | 3.000 | 2.875
5335976 | 5x2 60 6.500 |5.813 | 3.000 | 1.000 | 7.688 | 7.938 | 1.000 | 3.000 | 2.875
5335978 | 5x3 50 6.500 |5.813 | 3.000 | 1.500 | 8.688 | 8.938 | 1.000 | 3.000 | 2.875
5336039 | 6x1-1/2 50 7.000 |6.375 | 3.000 | .750 | 8.250 | 8.500 | 1.000 | 3.000 | 3.375
5336051 | 6x2 50 7.000 |6.375 | 3.000 | 1.000 | 8.750 | 9.000 | 1.000 | 3.000 | 3.375
5336040 | 6x3 50 7.000 |6.375 | 3.000 | 1.500 | 9.750 | 10.000 | 1.000 | 3.000 | 3.375
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Type EB/DB Accessories

Intermediate Spacers

I N
( (
( D
f ? <
(o > -
( * q
d D
( q
( D
= ] —2>_
— E* |-

Material is Polystyrene

Nﬁrirtt)er Size Carton Qty. ‘A’ ‘B’ “‘c” ‘D’ = “F “‘G” ‘R’
5336000 | 2x1-1/2 200 5188 | .750 | 1.375 | 3.875 | 1.000 | 4.000 | 4.250 | 1.250
5336018 | 2x2 170 5.688 | 1.000 | 1.875 | 4.375 | 1.000 | 4.500 | 4.750 | 1.250
5336032 | 2x3 110 6.688 | 1.500 | 2.875 | 5.375 | 1.000 | 5.500 | 5.750 | 1.250
5336016 | 3x1-1/2 140 6.313 | .750 | 1.375 | 5.000 | 1.000 | 5.125 | 5.375 | 1.813
5336020 | 3x2 110 6.750 | 1.000 | 1.875 | 5.438 | 1.000 | 5.625 | 5.875 | 1.813
5336031 3x3 75 7.813 | 1.500 | 2.875 | 6.500 | 1.000 | 6.625 | 6.875 | 1.813
5336017 | 4x1 105 7.000 | .500 | 1.125 | 5.750 | 1.000 | 5.625 | 5.875 | 2.313
5336021 4x1-1/2 100 7313 | .750 | 1.375 | 6.000 | 1.000 | 6.125 | 6.375 | 2.313
5336019 | 4x2 80 7.813 | 1.000 | 1.875 | 6.500 | 1.000 | 6.625 | 6.875 | 2.313
5336024 | 4x3 55 8.813 | 1.500 | 2.875 | 7.500 | 1.000 | 7.625 | 7.875 | 2.313
5336028 | 5x1-1/2 75 8.375 | .750 | 1.375 | 7.000 | 1.000 | 7.188 | 7.438 | 2.875
5336029 | 5x2 55 8.875 | 1.000 | 1.875 | 7.500 | 1.000 | 7.688 | 7.938 | 2.875
5336030 | 5x3 45 9.875 | 1.500 | 2.875 | 8.500 | 1.000 | 8.688 | 8.938 | 2.875
5336038 | 6x1-1/2 50 9.438 | .750 | 1.500 | 8.125 | 1.000 | 8.250 | 8.500 | 3.375
5336050 | 6x2 45 9.938 | 1.000 [ 2.000 | 8.625 | 1.000 | 8.750 | 9.000 | 3.375
5336041 6x3 40 10.938 | 1.500 | 3.000 | 9.625 | 1.000 | 9.750 | 10.000 | 3.375

Dimensions are nominal
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Type EB/DB Accessories

Plastic Spacers for Duct

Vertical and Horizontal Interlocking
For completely enclosed and locked-in duct banks

*  They snap together vertically for fast, secure field assembly.
*  Only two components, base and intermediate, are needed. Banding is not necessary.

*  With the Vertical-Lock spacer, ducts are accurately separated. Spacers lock firmly together, preventing
separation while workmen walk atop the bank.

*  Alignment of the duct bank sections is relatively easy with this completely locked-in construction.

* To prevent the top tier from floating during encased burial, it is suggested that an intermediate spacer
be used as a cap.

. Used in both EB and DB installations.

*  Vertical and horizontal interlocking permits building a strong, locked-in duct bank. A wide baseplate
provides solid support for heaviest loads.

Nominal 1”7 1-1/2” 2”7 3
Size Separation Separation Separation Separation
R A C R A C R A C R A C
2 1.2 4.0 15 1.2 4.5 2.0 1.2 55 3.0
3 1.8 5.1 15 1.8 5.6 2.0 1.8 6.6 3.0
4 2.3 5.6 1.0 2.3 6.1 15 23 6.6 2.0 2.3 7.6 3.0
5 2.9 7.3 1.5 2.9 7.9 2.0 2.9 8.9 3.0
6 3.3 8.2 1.5 3.4 8.7 2.0 3.4 9.8 3.0

Base spacers provide a 3” separation
between bottom row of ducts & trench
floor, except for 4” x 1” which is 1-3/4”.

) (=
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Conduit, Utility Duct and
P&C Flexible Duct







Rigid Nonmetallic Schedule 40 Conduit

Meets specifications of UL 651 and NEMA TC2
Rated for 90°C Cable

Sunlight Resistant

10’ Lengths

\WTERTE,

€.

Nonmetallic PVC Schedule 40 Conduit

Belled End - 10’ Lengths

I:l,da;.t Size F?:eatc?(er M-Ii-n ob I\:I?n E B Nc[)) m Ml?n
A52AE12 1/2 6,000 .109 .840 .578 .852 .836 1.500 120
A52AE12H 1/2 3,000 .109 .840 .578 .852 .836 1.500 120
A52AG12 3/4 4,400 113 1.050 .780 1.064 1.046 1.750 120
A52AG12H 3/4 2,200 113 1.050 .780 1.064 1.046 1.750 120
A52BA12 1 3,600 .133 1.315 1.004 1.330 1.310 2.000 120
A52BA12H | 1 1,800 .133 1.315 1.004 1.330 1.310 2.000 120
A52BC12 1-1/4 3,300 .140 1.660 1.335 1.677 1.655 2.250 120
A52BC12H | 1-1/4 1,650 .140 1.660 1.335 1.677 1.655 2.250 120
A52BE12 1-1/2 2,250 .145 1.900 1.564 1.918 1.894 2.500 120
A52BE12H | 1-1/2 900 .145 1.900 1.564 1.918 1.894 2.500 120
A52CA12 2 1,400 154 2.375 2.021 2.393 2.369 3.000 120
A52CE12 2-1/2 930 .203 2.875 2.414 2.890 2.868 3.250 120
A52DA12 3 880 .216 3.500 3.008 8515 3.492 3.750 120
A52DE12 3-1/2 630 .226 4.000 3.486 4.015 3.992 4.000 120
A52EA12 4 570 .237 4.500 3.961 4.515 4.491 4.500 120
A52FA12 5 380 .258 5.563 4.975 51593 5.553 5.500 120
A52GA12 6 260 .280 6.625 5.986 6.658 6.614 6.125 120
A52JA12* 8 180 .322 8.625 7.853 8.670 8.610 6.375 120

* NOt ETL LISted Dimensions are nominal
| | |
{ = T ]
= “B" “ID” “OD”
T N I e —— R — 4
~—"D"— "T"J

Note: 20’ length available on request
Schedule 40 conduit complies with federal and military specifications by conforming to UL 651

(=
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Rigid Nonmetallic Schedule 80 Conduit

Meets specifications of UL 651 and NEMA TC2

Rated for 90°C Cable

Sunlight Resistant

10’ Lengths

€.
Nonmetallic PVC Schedule 80 Conduit
Belled End - 10’ Lengths
I;’\la(;'.t Size F‘iDeathI)(er M-Ii-n oD I\;I?n E = NoDm MLin
A53AE12 1/2 6,000 147 .840 .502 .852 .836 1.500 120
A53AE12H 1/2 3,000 147 .840 502 .852 .836 1.500 120
A53AG12 3/4 4,400 .154 1.050 .698 1.064 1.046 1.750 120
A53AG12H 3/4 2,200 154 1.050 .698 1.064 1.046 1.750 120
A53BA12 1 3,600 179 1.315 910 1.330 1.310 2.000 120
A53BA12H | 1 1,800 179 1.315 910 1.330 1.310 2.000 120
A53BC12 1-1/4 3,300 191 1.660 1.227 1.677 1.655 2.250 120
A53BC12H | 1-1/4 1,650 191 1.660 1.227 1.677 1.655 2.250 120
A53BE12 1-1/2 2,250 .200 1.900 1.446 1.918 1.894 2.500 120
A53BE12H | 1-1/2 900 .200 1.900 1.446 1.918 1.894 2.500 120
A53CA12 2 1,400 .218 2.375 1.881 2.393 2.369 3.000 120
A53CE12 2-1/2 930 276 2.875 2.250 2.890 2.868 3.250 120
A53DA12 3 880 .300 3.500 2.820 3.515 3.492 3.750 120
A53EA12 4 570 .337 4.500 3.737 4.515 4.491 4.500 120
A53FA12 5 380 .375 5.563 4.713 5.593 5.553 5.500 120
A53GA12 6 260 432 6.625 5.646 6.658 6.614 6.125 120
Dimensions are nominal
| g |
VS T ]
“E” “B” “1D" “OD”"
T N I e —— R — 4
—"D"—1 "T"J

Note: 20’ length available on request
Schedule 80 conduit complies with federal and military specifications by conforming to UL 651
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Rigid Nonmetallic Cellular Core PVC Conduit & Utility Duct

Meets UL 651 specifications - Not ETL Listed
Meets NEMA TC2 requirements

Sunlight Resistant

20’ Lengths

+<——OUTER ZONE
| +——MIDDLE ZONE

Schedule 40 Forte-Ducte Conduit
Belled End - 20’ Lengths

I;’\la‘;‘ t Size F%e;c?(er M-Ii-n oL E = M[i)n Mlin
AB0CA42 2 2,800 .154 2.375 2.393 2.369 3.000 240
AB60CE42 2-1/2 1,860 .203 2.875 2.890 2.868 3.250 240
A60DA42 3 1,760 .216 3.500 3.515 3.492 3.750 240
AB0EA42 4 1,140 .237 4.500 4,515 4.491 4.500 240
AB60FA42 5 760 .258 5.563 5.593 5.553 5.500 240
AB60GA42 6 520 .280 6.625 6.658 6.614 6.125 240

Note: 10’ length available on request pimensions are nomina

DBHM-120 Forte-Ductes Conduit

Belled End - 20’ Lengths

Part . Feet per T D L
No. Size | "pack | min | OP E = Min | Min
A59EA42 4 1,140 .154 4.500 4.544 4.509 3.375 240
A59GA42 6 520 227 6.625 6.687 6.636 5.000 240
Dimensions are nominal
| IILII |
[ T T T T , }
uEn ”B" uIDn uODn
I I Lo |
|<_ uDll_>| ”T”J
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Rigid Nonmetallic Schedule 40 Split Duct and Utility Duct

Enables repair of damaged conduit in existing
installations with no cutting and splicing of
cables.

This product is not UL Listed
Dimensions conform to UL 651 Specification

Schedule 40 Split Duct - 10’ Lengths

Part : Feet per Wall
No. Size Pack oD = Thickness i
3.500
A52DAZS 3 500 + 008 3.008 .216 120
4.500
AS2EAZS 4 290 + 074 3.961 .237 120
Dimensions are nominal
Schedule 40 Split Sleeve Coupling (Fabricated)
Part : Package | «pia> “p
No. Size Qty. DIA A
6141684 2 25 2.375 6.125
6141685 3 25 3.500 6.188
6141690 4 15 4.563 6.250
6141692 5 8 5.625 8.875
6141693 6 4 6.563 10.125
Dimensions are nominal
DBHM-60 Split Sleeve Coupling (Fabricated)
Part : Package | «pa> wp
No. Size Qty. DIA A
6151783 2 20 2.375 6.063
6151784 3 25 3.500 6.750
6151785 4 15 4.500 6.375
6151786 5 8 5.563 8.750
6151787 6 4 6.625 9.750
Dimensions are nominal
llDIAII
N\

(1Y
\J

llAll
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Conforms to NEMA TC6 and ASTM F-512 requirements

Rigid Nonmetallic PVC Utility Duct 500,000 PSI Modulus

Rated for 90°C Cable

20’ Lengths

Type DBHM-60 (For Direct Burial) - 20’ Lengths, Bell End

Part
No.

A79CA42
A79DA42
A79EA42
A79FA42
A79GA42

Feet per “T”

Size Pack Min
2 2,800 .060
3 1,760 .092
4 1,140 121
5 760 152
6 520 .182

“OD”

2.375
3.500
4.500
5.563
6.625

“E”

2.400
3.538
4.544
5.614
6.687

“B”

2.381
3.508
4.509
5.573
6.636

«p”
Min.
1.750
2.875
3.375
4.000
5.00

L
Min.
240
240
240
240
240

Dimensions are nominal

Type EBHM-20 (For Encasement Burial) - 20’ Lengths, Bell End

Part
No.

A77CA42
A77DA42
A77EA42
A77FA42
A77GA42

Feet per “T”

Size Pack Min
2 2,800 .060
3 1,760 .061
4 1,140 .082
5 760 .103
6 520 125

HOD”

2.387
3.500
4.500
5.563
6.625

“E”

2.396
3.529
4.533
5.601
6.669

“B”

2.378
3.503
4.502
5.562
6.627

“D”

Min.

1.750
2.875
3.375
4.000
5.000

240

Dimensions are nominal

Type EB complies with federal and military specifications by conforming to UL 651

Type DBHM-100 (For Direct Burial) - 20’ Lengths, Bell End

Part : Feet per “T” “AR? g “R “D” “rr
No. Size Pack Min @ ©OP" “E B” | Min. | Min.
A72DA42 3 1,760 112 3.500 3.538 3.508 | 2.875 240
A72EA42 4 1,140 .145 4.500 4.544 4,509 | 3.375 240
A72FA42 5 760 179 5.563 5.614 5.573 | 4.000 240
A72GA42 6 520 .213 6.625 6.687 6.636 | 5.000 240
Dimensions are nominal
| uLn |
{ = T ] f
uEn ”B” uIDn UODII
Tl e v |
|<_”D"_>| ”T”J
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Rigid Nonmetallic Utility Duct

" Ell

4

EANT=X

Conforms to NEMA TC8 and ASTM F-512 requirements

Rated for 90°C Cable

20’ Lengths

Type DBHM-120 (For Direct Burial) - 20’ Lengths, Bell End

No. | Sze | "R& | min  "OD"| B “B" | win | win
A55BA42 1 7,200 .060 1.315 1.331 1.320 1.000 240
A55BE42 1-1/2 4,500 .060 1.900 1.921 1.906 1.375 240
A55CA42 2 2,800 .077 2.375 | 2.400 | 2.381 1.750 240
A55DA42 3 1,760 .118 3.500 | 3.538 | 3.508 | 2.875 240
AS5EA42 4 1,140 .154 4500 | 4.544 | 4509 | 3.375 240
A55FA42 5 760 191 5.563 | 5.614 | 5573 | 4.000 240
A55GA42 6 520 .227 6.625 | 6.687 | 6.636 | 5.000 240

Dimensions are nominal

Type EBHM-35 (For Encasement Burial) - 20’ Lengths, Bell End

Part . Feet per “T” “«AN” wp “pR “D” “L
No. Size Pack Min | ©OD E B” | Min. | Min.
A57EA42 4 1,140 .082 4.500 4.533 4.502 B85 240
A57FA42 5 760 .103 5.563 5.601 5.565 4.000 240
A57GA42 6 520 125 6.625 6.669 6.627 5.000 240
Dimensions are nominal
| IILII |
I D e T ] f
uB" HID" uODn
I I S S ;
|<_ ”D"_>| IITII
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Corrugated Power & Communication Duct

P&C Flexible Utility Duct

Part Size 0O.D. I.D. Approx. @ Feet per

No. (Nom) (Nom) Wt/Ft Spool
A90CAG1 2 2.375 2.045 .260 250
A90DAG1 3 3.500 3.068 .540 250
A90EAGH1 4 4.500 4.026 .740 250

Dimensions are nominal

Meets NEMA TC-12 Standards
For Non-UL Applications
Uses standard Schedule 40 Fittings

=

INSTALLATION INSTRUCTIONS aiaiaiala ava'aavavalataiata’a
1. Clean both ends of duct to be joined.

2. Trim ends square to ensure a secure joint.

3. Using standard solvent cement, apply a full, even
coat of cement to outside of flexible duct to the depth
of fitting to be joined to the duct.

a a a a a a ~ —~ - a ~ I~ a

4. Apply a light coat of cement to the inside of the fitting.

/

Fitting

5. Slide fitting over the end of the duct twisting slightly
to be sure fittings fully seated.

Flexible Duct

Conduit #99 Low VOC Cement

N:r:';er Size | Weight CaQrtt;:n
7210601 | 1/2 Pint .595 24
7210602 | Pint 1.093 12
7210603 | Quart 2.110 12
7210605 | Gallon | 8.207 6

EANT=EX
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Flexible Electrical Nonmetallic
Tubing and Accessories
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EZ-Flexp Electrical Nonmetallic Tubing

Meets specifications: NEMA TC-13 and NEC Article 362 and UL 1653
Suitable for use with 90°C conductors.

e CANTEX EZ-FLEXer ENT is a high performance lower cost alternative to electrical metallic tubing.

Non-conductive and corrosion resistant.

e EZ-FLEXe not only costs less than metal tubing but installation time is dramatically reduced, saving

expensive labor cost.

e Corrugated design allows bending by hand, eliminating the necessity of bending equipment and special
tools. Reduced inner surface area cuts down on drag so that wire pulling is accomplished easier and faster.

e UL Listed EZ-FLEXg is used in circuits of 600 volts or less. Minimum installation temperature is -4°F (-20°C)
and maximum ambient temperature is 122°F (50°C).

identification.

EZ-FLEXe is made in electric blue color for easy

EZ-FLEXe Straight 10’ Lengths

Part Sire Ft:ert 0.D. (Nom) I.D. (Nom) Approx.
No. P W/Ft
Pack Min. Max. Min. Max.
A51AE11 1/2 | 3,600 .832 .848 574 .630 .100
A51AG11 3/4 | 4,000 | 1.040 1.060 744 .834 137
A51BA11 1 2,400 | 1.305 1.325 .999 1.059 178
Dimensions are nominal
EZ-FLEXe Coils
Part | o F?rt 0.D. (Nom) 1.D. (Nom) Approx.
No. pet W/Ft
Coil | wmin. Max. Min. Max.
A51AEB1 1/2 | 200 .832 .848 574 .630 .100
A51AGA1 3/4 | 100 1.040 1.060 744 .834 137
A51BAA1 1 100 1.305 1.325 .999 1.059 178
Dimensions are nominal
EZ-FLEXe Reels
Part | o Fe;t 0.D. (Nom) 1.D. (Nom) Approx.
No. P W/Ft
Pack | Min. Max. Min. Max.
A51AEQ1 1/2 | 1,500 .832 .848 574 .630 .100
A51AEK1 1/2 | 5,000 .832 .848 574 .630 .100
A51AGJ1 3/4 | 1,000 | 1.040 1.060 744 .834 137
A51BAN1 1 750 1.305 1.325 .999 1.059 178
Dimensions are nominal
[.D. O.D.
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Electrical Nonmetallic Accessories

ENT Coupling

F;\lac"“ Size cg’tty‘f" A B c D
5163380 1/2 200 2.000 .700 .850 1.235
5163381 3/4 200 1.957 .894 1.057 1.529
5163382 1 100 2.127 1.123 1.325 1.793

Dimensions are nominal

ENT Male Adapter - Threaded

':l‘::t Size Cgrtt;" A B c D
5163415 1/2 200 1.620 14 NPT .600 1.235
5163416 3/4 200 1.548 14 NPT 797 1.529
5163417 1 100 1.763 11-1/2 NPT 1.010 1.793

Dimensions are nominal

ENT Male Adapter - Snap In

':la;_t Size cg'tty‘f“ A B c D
5163405 1/2 200 1.460 963 .850 1.235
5163406 3/4 200 1.438 1.185 1.057 1.529
5163407 1 100 1.523 1.455 1.325 1.793

Dimensions are nominal

[y
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Electrical Nonmetallic Accessories

ENT Slab Box with Knockouts

Part Connectors Carton “A” “B” “c” “D” “E” “F” “G” “H” “J” “H”
No. Qty.

ENS0507K |4 x 1/2” - 4 x 3/4” 25 4.530 2.250 4.530 2.250 3.444 1.340 2.125 3.590 1.063 | .125

Dimensions are nominal

172" 172" 172" 3/4"
| | | | o L il
T T T T

120 Ry, S Yt REY,3

12l 1 3/am | 1 34 ¢ prg- | ap
Il 1 1 1
— - +e | &+
172" 12" 172" 3/4" j{ ’»‘
ENS0507K ENSO500K L K:

ENT Slab Box with Connectors

Part Carton 13 ” 13 ” 13 ” 113 b (13 ” (13 b (13 9 13 ” (13 ” 13 ”
Connectors A B C D E F G H J H
No. Qty.
ENS0507C | 4 x 1/2” - 4 x 3/4” 25 4530 | 2250 | 4.530 | 2.250 | 3.444 1.340 2.125 | 3590 | 1.063 | .125

Dimensions are nominal

Y 1/ 12" 34"
] i -+

17204 42 4 12 T_E> 4

172 42 3t R VT XL T & R
Il | 1 1
1 1 J—E = @ @ s
172" 172" 172" 3/4" s y |
ENS0500C ENS0507C KT

Part Size Carton

No. Qty.
ENO50SBY 1/2” 150
ENO75SBY 3/4” 150
EN100SBY 17 200

(=
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INSTALLATION INSTRUCTION - ELECTRICAL NONMETALLIC TUBING

Instructions for Solvent Welding Fittings to Electrical Nonmetallic Tubing (ENT)

1)

Use CANTEX No. 50 ENT Solvent Cement or other PVC cement which is specifically labeled for use with ENT.

DO NOT USE heavy or medium bodied PVC cement (pressure pipe type) or combination ABS/PVC cement.

Cut tubing ends square and smooth with a knife or saw. Remove burrs and ragged edges with a knife, file or
abrasive cloth.

Remove all dust, dirt and moisture from ENT and fittings before applying cement.
DO NOT USE PRIMER OR CLEANER.

Apply CANTEX No. 50 Solvent Cement with the natural bristle brush supplied in the can lid.
DO NOT USE A DAUBER.

Apply a light, uniform coat of cement inside the socket fitting.

Apply a light, uniform coat of cement to the outside surface of the ENT to the depth of the fitting socket. Brush
AROUND THE CORRUGATIONS OF THE ENT, NOT LONGITUDINALLY. Brush away any excess cement
out of the grooves of the ENT. Excess cement may cause burning and excess softening of the ENT which may
result in joint failure under stress.

While cement is still set, quickly insert the ENT up to the center stop of the fitting. Give the fitting a quarter
turn and hold firmly in place for 15 to 30 seconds. Do not disturb the fitting for two to five minutes to allow
firm joint set.

Helpful Tips for Better Joints

The best solvent cementing results are obtained in temperatures above 40°F. In colder temperatures, allow longer
times for initial settings. In cold weather, do not put joints under stress for 24 to 48 hours.

Keep can lid closed while not in use since cement is highly volatile and also will absorb moisture from the air. Do not
use cement if it becomes lumpy or jelled. If lumpy or jelled, DISCARD THE PVC CEMENT and do not try to thin with
PVC primer or cleaner.

Installers should verify for themselves that they can make satisfactory joints under varying conditions. Contact
CANTEX for additional instructions or information if needed.

Do not use PVC solvent cement on the threads of threaded fittings.

CAUTION

PVC Cement is highly flammable. Do not use in the presence of
lighted smoking materials, open flames, metal welding in
progress or open electrical arcs.

Conduit Cement ENT No. 50

Low VOC
Part Size Std. UPC-ITF Pkg.
No. Pkg. 3 00 88700 Wit.
7210402 Pint 12 01020 9 13.12

Fitting ENT 7210403 Quart 12 010216 13.12



Enviro-Flex. Liquidtight Flexible
Conduit & Fittings







Enviro-Flexg Liquid Tight Conduit

Liquid Tight Nonmetallic Flexible Conduit
Conforms to NEC Article 356 and UL 1660

Enviro-Flexg gives complete environmental protection for exposed cable installations and is ideal for use with
control and motor applications, machinery tools, moving machinery, console wire, transformer connections, outdoor
lighting, air conditioning, heating systems and computer power distribution.

Enviro-Flexg offers advantages compared to metal conduit.
* INSTALLATION

Enviro-Flexg costs less to install. It is easy to cut with no jagged edges, is less than half the weight of metal and
can utilize all existing liquid tight fittings.

* FLEXIBILITY
Enviro-Flexg is more flexible and its smooth inner bore makes pulling wires easier than ever.
* SERVICE ENVIRONMENT

Enviro-Flexg is waterproof, acid, oil, alkaline and corrosion resistant. It is non-conductive, self-extinguishing and
extremely resistant to crush, abrasion and strain. UL listed for constant use at maximum 60°C (140°F) and for
sunlight resistance.

Enviro-Flexe Liquid Tight Conduit - Coils

Part size | FeCtper 0.D. (Nom) I.D. (Nom) Approx.
No. Coil Min. | Max. | Min. | Max. Wt/Ft
VOB6ADA1 3/8 100 .690 710 484 .504 .128
VOB6AEA1 1/2 100 .820 .840 .622 .642 .136
VO6AGA1 3/4 100 1.030 1.050 .820 .840 .165
VO6BAA1 1 100 1.290 1.315 1.041 1.066 .259
VO6BCN1 1-1/4 50 1.630 1.660 1.380 1.410 .339
VO6BEN1 1-1/2 50 1.865 1.900 1.575 1.60 446
VO6CAN1 | 2 50 2.340 2.375 2.020 2.045 617
Dimensions are nominal
Part size | FeCtper O.D. (Nom) I.D. (Nom) Approx.
No. Reel Min. Max. Min. Max. Wi/Ft
VOBAEJ1 1/2 | 1000 .820 .840 .622 642 .136
VO6AGMA1 3/4 700 1.030 1.050 .820 .840 .165
VO6BAD1 1 400 1.290 1.315 1.041 1.066 .259

Dimensions are nominal

A IMATUATRARIMATRAA Y
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Enviro-Flexg Liquid Tight Conduit Fittings

Enviro-Flexe Straight Connectors

Rart | size Cgrtt“z“ A B c
6441000 3/8| 100 2.000 | .540 1.400
6441001 12| 100 2.000 | .540 1.400
6441002 3/4 50 2.200 | .635 1.700
6441003 | 1 25 2.280 | .740 2.000
6441004 | 1-1/4 25 2.440 | .760 2.400
6441005 | 1-1/2 10 2.700 | .800 2.670
6441006 | 2 10 2.990 | .850 3.280

Dimensions are nominal
Enviro-Flexg 90° Connectors

Rart | size Cgrtt;“ A B c
5441000 3/8 50 2.120 | .500 3.120
5441001 1/2 50 2120 | .500 3.120
5441002 3/4 50 2.500 | .520 3.600
5441003 | 1 25 3.125 | .700 4.125
5441004 | 1-1/4 25 4.450 | .760 5.200
5441005 | 1-1/2 10 4.750 | .800 5.200

c 5441006 | 2 10 5.420 | .860 5.800

Enviro-Flexg Flexible Elbows

Dimensions are nominal

Part Size Carton Applications: -

No. Qty. * HVAC equipment
6441101 1/2 8 * Machine tools
6441102 3/4 6 * Marine equipment
6441103 | 1 6 * Motors and controls

* Printing equipment

* Pumps
Enviro-Flexg Kits * Refrigeration equipment
¢ Assemblies
WD b
art . Carton .
Size * Wire hook-up
E:',,YL’,?‘F""X Kit No. Qty-
el 5441051 1/2 4
5441052 3/4 4

. EANT=X
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Directional Drilling Conduit







Directional Drilling Conduit

Schedule 40 CAN>LOC™ Conduit - 20 Lengths

Schedule 40 designed for directional drilling applications
of up to 1,000 feet.

No solvent cement needed for secure, water-proof joints.

((I[Dus Conforms to UL 651 and NEMA TC-2

—_ —_ O~ — < o
£ | o~ . ~ = .= 4| oZ| cd|34 Sd | 8TT 8
-8 |o,. S| P 52|52 |_2 &| 885 83|55 /53 23| 23 535|223+
jule] 'Uﬂ o ) T~ | = |5 o= O MmO~ 0 -~ @‘-' [Xe] = 0
o £ 8| ¢ 3 c~ | eS| 85| X 5o e | 23| oo|ro oo |28 ©X0s8
s |F®| 8| 3 |82/ 8d P2 8| §5 ££ <5/ eg|2e| c£ S4xz IS
z § |00 |0=| o & ug S Eg|=¢ §8| S& 833 °zs
()] (S
A24EA42 | 4 | 20| 195 | 45 | 40 | 5.7 | 520 | 14,560 | 234 | 65 | 70 | 75 | 12,000 | 1,075 900
A24GA42 | 6 20| 195 | 6.6 | 6.0 | 8.0 | 400 8,000| 456 | 65 | 80 | 75 | 18,000 950 850
Part . s T ID D L
Number Size Description Min oD Min E Min | Min
A24EA42 4 CAN>LOC™ 237 | 4500 | 3961 | 4515 | 6.000 | 240
A24GA42 6 CAN>LOC™ 280 | 6625 | 5986 | 6.658 | 7.000 | 240

Dimensions are nominal

Schedule 40 CAN>GRIP™ Conduit - 20 Lengths

The easy assembly method takes out the human error involved in the
installation of external joint restraints. CAN>GRIP™ offers a quick joining
method by simply pushing the spigot into the bell end of the adjoining pipe
that is equipped with the new CAN>GRIP™ joint restraint. Once the pipe is
installed, the gripper ring self engages the spigot thus locking the joint. The unique bell
contains a gasket to maintain a watertight system.

(('[Dus Conforms to UL 651 and NEMATC-2

— | ©~ — < o
. E | an| = ~| = . dloT|cd|548] T4 |28 ns
8 |go|E| P |52|52|=2| 8| 85 |83|5E|83|83| 25 |588|zL%5
juge} 'Gﬁ =) o osS | o= T c Q= o | po|E=| 0™ et 0@# o =0
© £ ®© = c 9 c - cT| o~ X 45% - " S|loolr o oo = 8®<U-Q
3 |[FP| S| > 189|829 |™S| 8| 82 [s5|s8|2¢e|e| £ |S4=|25e
3 © | Ol | *F S|EE|=2|58| 88 |[2338|°==
- o o =<
A30EA42 | 4 | 20| 195 | 45 | 40 | 5.7 | 520 | 14,560 | 234 | 65 70| 75 | 10,000 | 1,075 900
A30GA42 | 6 |20| 195 | 6.6 | 6.0 | 8.0 |400| 8,000| 456 | 65 | 100| 75 | 14,000 950 850
Part . . T ID D L
Number Size Description Min oD Min E Min | Min
A30EA42 4 CAN>GRIP™ 237 | 4500 | 3961 | 4515 | 6.000 | 240
A30GA42 6 CAN>GRIP™ 280 | 6625 | 5986 | 6.658 | 7.000 | 240

Dimensions are nominal

Heme b |
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Telephone Duct
Fittings & Accessories







Telephone Duct

CAO Telephone Duct - Type C

Conforms to NEMATC-10
CANTEX | .| Approx. F‘Zert ob D | T B D E L
Part No. Wt/Ft PF;ck (Min) | (Min) | (Min) | (Min) | (Min) | (Min) | (Min)
A93EA42 4 1.468 1,260 4.345 | 3.930 .150 4.350 6.000 | 4.375 243
Type C Duct can also be used for concrete encased applications where specified. Dimensions are nominal

Type DBHM-120 (For Direct Burial)

500,000 PSI Modulus

Feet

CANTEX | o, | Approx.| o [ OD | D | T | B | D | E | L

Part No. Wt/Ft Pack (Min) | (Min) | (Min) | (Min) | (Min) | (Min) | (Min)
A55CA42 2 420 2,800 | 2.375 | 2.221 | .077 | 2.381 | 1.750 | 2.400 | 240
A55DA42 3 947 1,760 | 3.500 | 3.264 | .118 | 3.538 | 2.875 | 3538 | 240
AS5EA42 4 1.589 1,140 | 4500 | 4192 | .154 | 4.509 | 3.375 | 4553 | 240

Dimensions are nominal

L -
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E L r
[ S

. =
CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com : ANT— )( 121



Rigid Nonmetallic Schedule 40 Conduit

Meets specifications of UL 651 and NEMA TC2
Rated for 90°C Cable

Sunlight Resistant

10’ Lengths

\rERTe,
(elb)us
i57e0
Intertek
4001553

Schedule 40 Conduit

Belled End - 10’ Lengths

T\lac:.t Size F%eathl)(er M-Ii-n ob I\;I?n E B NoDm Ml?n
A52AE12 1/2 6,000 .109 .840 .578 .852 .836 1.500 120
A52AG12 3/4 4,400 113 1.050 .780 1.064 1.046 1.750 120
A52BA12 1 3,600 .133 1.315 1.004 1.330 1.310 2.000 120
A52BC12 1-1/4 3,300 .140 1.660 1.335 1.677 1.655 2.250 120
A52BE12 1-1/2 2,250 .145 1.900 1.564 1.918 1.894 2.500 120
A52CA12 2 1,400 .154 2.375 2.021 2.393 2.369 3.000 120
A52CE12 2-1/2 930 .203 2.875 2.414 2.890 2.868 3.250 120
A52DA12 3 880 .216 3.500 3.008 85185 3.492 3.750 120
A52DE12 3-1/2 630 .226 4.000 3.486 4.015 3.992 4.000 120
A52EA12 4 570 .237 4.500 3.961 4.515 4.491 4.500 120
A52FA12 5 380 .258 5.563 4.975 5.593 5.553 5.500 120
A52GA12 6 260 .280 6.625 5.986 6.658 6.614 6.125 120

Dimensions are nominal
| | |
| T ]
= “B" “1D" “OD”
T N I e — R — 4
~—"D"— "T"J

Note: 20’ length available on request
Schedule 40 conduit complies with federal and military specifications by conforming to UL 651

[y
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Meets specifications of UL 651 and NEMA TC2

Rated for 90°C Cable
Sunlight Resistant

10’ Lengths

Rigid Nonmetallic Schedule 80 Conduit

\WERTE,
(GIDUS
57
Intertek
4001553

Nonmetallic PVC Schedule 80 Conduit
Belled End - 10’ Lengths

Fr,\lac:.t Size F%eatcrl)(er M-Ii-n oD I\:I?n E B Nc?m Mlin
A53AE12 1/2 6,000 147 .840 .502 .852 .836 1.500 120
A53AG12 3/4 4,400 .154 1.050 .698 1.064 1.046 1.750 120
A53BA12 1 3,600 179 1.315 910 1.330 1.310 2.000 120
A53BC12 1-1/4 3,300 191 1.660 1.227 1.677 1.655 2.250 120
A53BE12 1-1/2 2,250 .200 1.900 1.446 1.918 1.894 2.500 120
A53CA12 2 1,400 218 2.375 1.881 2.393 2.369 3.000 120
A53CE12 2-1/2 930 276 2.875 2.250 2.890 2.868 3.250 120
A53DA12 3 880 .300 3.500 2.820 3.515 3.492 3.750 120
A53EA12 4 570 .337 4.500 3.737 4.515 4.491 4.500 120
A53FA12 5 380 375 5.563 4.713 5.593 1558 5.500 120
A53GA12 6 260 432 6.625 5.646 6.658 6.614 6.125 120

Dimensions are nominal
| | |
| T T ] f

“E” “B” “1D" “OD”"
NI I I e —— R — 4
~—"D"— "T"J

Note: 20’ length available on request
Schedule 80 conduit complies with federal and military specifications by conforming to UL 651

EANT=EX =
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Schedule 40 and Type C Telephone Split Duct

Enables repair of damaged conduit in existing
installations with no cutting and splicing of cables.

This product is not UL Listed
Dimensions conform to UL 651 Specification

Schedule 40 Split Duct - 10’ Lengths

Part | g | Feeteer (NNANENENERN NGRS EEDRNSNE R e

No. Pack Min Min Min Min Min Min Min
A52CAZS 2 700 2.375 2.021 .154 125 .071 125 .060
A52DAZS 3 500 3.500 3.008 216 125 .080 125 .074
A52EAZS 4 290 4.500 3.961 .237 125 .080 125 .074

Dimensions are nominal

Type C Telephone Split Duct - 10’ Lengths

Part Size Feet per A B C D E F G
No. Pack Min Min Min Min Min Min Min
A94EAZS 4 320 4.350 3.990 .150 125 .071 125 .060

Dimensions are nominal

>

|
]
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Directional Drilling Conduit

Schedule 40 CAN>LOC™ Conduit - 20 Lengths

Schedule 40 designed for directional drilling applications
of up to 1,000 feet.

No solvent cement needed for secure, water-proof joints.

((I[Dus Conforms to UL 651 and NEMA TC-2

The easy assembly method takes out the human error involved in the
installation of external joint restraints. CAN>GRIP™ offers a quick joining
method by simply pushing the spigot into the bell end of the adjoining pipe

Once the pipe is

Schedule 40 CAN>GRIP™ Conduit - 20 Lengths

that is equipped with the new CAN>GRIP™ joint restraint.

installed, the gripper ring self engages the spigot thus locking the joint. The unique bell

contains a gasket to maintain a watertight system.

((I[Dus Conforms to UL 651 and NEMA TC-2

Dimensions are nominal
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A24EA42 20| 195 | 45 | 40 | 5.7 | 520 | 14,560' | 234 | 65 | 70 | 75 | 12,000 | 1,075 | 900
A24GA42 | 6 |20 195 | 6.6 | 6.0 | 8.0 |400| 8,000 456 | 65 | 80 | 75 | 18,000 | 950 850
Part . . T ID D L
Number | Size | Description | yuo | OD | pun | E | min | Min
A24EA42 4 CAN>LOC™ 237 4.500 3.961 4515 6.000 240
A24GA42 6 CAN>LOC™ .280 6.625 5.986 6.658 7.000 240

—_ —_ O~ —_ < o
- < = | = - > P L -3y ARF 54 28T ~NG
L8 |eols| P |5S|52| 22| & 85 |s5|5E|63|23| £33 |598|zC %~
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A30EA42 20| 195 | 45 | 40 | 5.7 | 520 | 14,560 | 234 | 65 70| 75 | 10,000 | 1,075 900
A30GA42 | 6 |20| 195 | 6.6 | 6.0 | 8.0 | 400 8,000 456 | 65 | 100| 75 | 14,000 950 850
Part . L T ID D L
Number Size | Description Min oD Min E Min | Min
A30EA42 4 CAN>GRIP™ 237 4500 | 3.961 4515 | 6.000 240
A30GA42 6 CAN>GRIP™ .280 6.625 | 5986 | 6.658 | 7.000 240
Dimensions are nominal
L
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Telephone Duct - Fittings & Accessories

Adapts 4” Threaded Metal Pipe to 4” Telephone Duct

)
y,

. Approx. | Carton
Part No- Slze pp C i‘A,’ “B,! L‘c,, L‘D!! ‘LL” “w,’
Wit. Qty.
5164037S 3-1/2"x 4 .800 10 3.000 4.000 4.313 4.375 8.800 4.343
Dimensions are nominal
I

Adapts 4” Telephone Duct to Square Clay Tile

1 EANT=X

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX:

Part No Size Approx' Carton “L” “W” “A” “B” “D” “E” “F”

) Wit. Qty. (Min.) | (Max.)
5164036 3-1/4x 4 .800 24 8.000 4.938 2.500 4.000 4.625 3.000 3.380
5164037 3-1/2x4 .800 10 8.000 4.938 2.500 4.000 4.625 3.650 3.250

Dimensions are nominal
B
L —_1
F E
? _
D
W

817-215-7001 www.cantexinc.com



Telephone Duct - Fittings & Accessories

Adapts 4” Telephone Duct to 3-1/4” Round Clay Tile

H A rox' arton 13 b [11 i) 13 I 13 b (13 I 13 t [13 b

Part No. Size PP c w L | “B D E R’ | T
Wt. Qty.

5164031S 4x3-1/4x18 .800 20 4.625 | 18.000 | 2.188 | 3.500 | 4.375 | 3.813 | 3.250

[1]
L]

1

W

= S
Q>

Dimensions are nominal

Adapts 4” Telephone Duct to Split 3-1/2” Square Clay Tile

Part NO. Size Approx' Carton “W” “L” “B” “D” “En “Rn
Wit. Qty.
51640298 | 4x3-1/2x 18 .800 8 4.375 | 18.000 | 3.000 | 3.000 | 4.375 | 3.750

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

Dimensions are nominal
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Telephone Duct - Fittings & Accessories

Schedule 40 Conduit Coupling with Center Stop

(For Use with Schedule 40 & Schedule 80 conduit)

Part Trade | Carton | @ 4D’ 07 A connector used to join lengths of

Number Size Qty. conduit pipe. The fitting consists of

6141623 12 | 200 | 1.063 | 1.500 | 875 | 625 two solvent weld female ends with
a center stop. Both pieces of pipe

6141624 3/4 125 1.313 | 1.563 | 1.063 .625 should seat at the stop for proper
positioning.

6141625 1 70 | 1.625 | 2.000 | 1.313 | 1.000

6141626 1-1/4 40 | 2.000 | 2.125 | 1.688 | 1.000

6141627 1-1/2 30 | 2250 | 2.375 | 1.938 | 1.063

6141628 | 2 40 | 2688 | 2.438 | 2.375 | 1.250 - w =

6141629 | 2-1/2 20 | 3250 | 3.500 | 2.875 | 1.750 *

6141630 | 3 40 | 4.000 | 3.875 | 3.500 | 1.188 npe

6141631 3-1/2 30 |[4.1250 | 4.000 | 4.000 | 1.938 +

_ L

6141632 | 4 20 | 5.000 | 4.188 | 4.500 [ 2.000

6141633 | 5 10 | 6.125 | 5.375 | 5.625 | 2.500

6141634 | 6 8 | 7.250 | 6.375 | 6.625 | 3.000

Dimensions are nominal
"ID"

Schedule 40 Longline Conduit Coupling with Center Stop - Molded

(For Use with Schedule 40 & Schedule 80 conduit)

Part Trade | Carton [ upyar | war B Molded repair coupling with center stop.
Number Size Qty. Material is rigid PVC.
6202000 | 2 20 | 2375 | 4.188 | 2.000 g Molded
"DIA"— " B "

6202002 | 2-1/2 25 2.875 | 6.313 | 2.750 /\
6202005 | 3 25 3.500 | 6.500 | 3.250 @
6202010 | 4 15 4.500 | 7.000 | 3.500

P"A"‘—‘ Sizes 27, 2-1/2", 3" & 4”

6202015 | 5 8 5.563 | 8.313 | 3.625

Fabricated

6202016 | 6 4 6.625 | 9.000 | 3.500 [ DA\

- - " 2
Dimensions are nominal /

Sizes 5" & 6”

[y
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Telephone Duct - Fittings & Accessories

Schedule 40 Longline Conduit Coupling with No Center Stop - Fabricated

(For Use with Schedule 40 & Schedule 80 conduit)

Part Trade | Carton [ oo A Fabricated repair coupling with no
Number | Size Qty. center stop. Material is rigid PVC.
6141702 1 20 1.313 4.500

6141703 | 1-1/2 20 1.875 4.875

6203000 | 2 20 2.375 6.063

6203002 | 2-1/2 20 2.875 6.000

6203005 | 3 25 3.563 6.750 "DIA"
6203006 | 3-1/2 25 4.000 e S S N
6203007 | 4 15 4.500 6.375 —_— - ——-
6203009 | 5 8 5.688 8.750 ________;_I_' ________
6203010 | 6 4 6.688 9.750 A

Dimensions are nominal

DBHM-120 Coupling
Bell x Bell - Fabricated

Part : Carton 50 1=p) 4w ap @
Number Size Qyy. A B C D L
6161635 2 35 .075 | .094 | 2.490 | 2.734 | 6.000

Dimensions are nominal

~

]

1

T

CAO Internal Coupling

Approx. | Carton

Part No. Size Wt Qty.

“A” “B” “Ds!

6161633 4 2.000 1 2.5000 4.000 3.750

Dimensions are nominal

\_J

. =
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Telephone Duct - Fittings & Accessories

CAO Coupling (Gray)
No Center Stop - Fabricated
- Approx- Carton 11 L 111 a i 1% ot
Part No. Size Wit Qty. L D T
6161652 4 .825 50 6.000 4.385 .090

Dimensions are nominal

CAO Coupling
Center Stop - Fabricated
. Approx- Carton 17 . %L 111 - 11 11732 171 2 21
Part No. | Size Wi Qty. A B Cc D /
6161632 4 .825 50 3.850 | 4.350 | 7.500 | .090
Dimensions are nominal
C
A B ‘
1
D1
CAO Expansion Coupling for use with Type D Duct
. Approx. | Carton | Collapsed | Extended | ..., | .p» | w«par | amo | apr | aps
Part No. | Size Wt Qty. L L A B C D E F
6161634 4 .835 25 17.10 25.10 4.64 436 | 3.00 | 464 | 436 | 3.00
Dimensions are nominal
Collapsed - “L”
Extended - “L”
T
L] E \
B E
i 1 Q
- c - F =

. EANT=EX
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Telephone Duct - Fittings & Accessories

CAO 5° Coupling - Bell to Spigot CAO End Bell

Part . Carton e = R e Part . Carton | ., oo R e = T
Number Size Qty. 2 e © > Number Siz Qty. S e © o = 7
6161642 2 15 7.000 | 6.750 | 4.350 | 4.380 5164015 | 4x6 50 4.380 | 4.355| 3.125 | 6.000 | 4.350 | 5.100

/‘\C 1 N |

; I v 1
! -’ R B
A B A B E F
J —\ |

B — |

IPS Bell to CAO Spigot Adapter IPS Spigot to CAO Bell Adapter

Part . Carton | R = Part . Carton | e e et
Number Size aty. A B © D E Number Size Qty. A B C D E
5163552 | 4.5t04.35| 10 |4.350|4.515/10.000| 2.750 | 4.491 5163551 |4.5t04.35| 10 |4.5004.380 | 5.000 | 3.125 | 4.355

’<— D —
~—D— 1
A £ B "5
A - - - B
c C
IPS Bell to CAO Bell Adapter
Part . Carton | «xn | «pn B g || gz || a=
Number Size Q. A B C D E F

5163550 | 4.5 t0 4.35 50 4.500 | 4.380 | 7.250 | 3.125 | 3.125 | 4.355

) (=
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Telephone Duct - Fittings & Accessories

End Cap
Part Trade | Carton “pn “gr
Number | Size Qty. A"
5140037 | 2 50 2.375 1.625 /'/
5140039 | 3 25 3.563 2.375 I
5140040 | 4 25 4.500 2.375

Dimensions are nominal

Meets NEMA TC3 Requirements
Made of Rigid PVC

W

Poly Plug with Pulling Eye

Part Trade Carton «» “M_4" “My_o»
Number Size Qty. L D oe
QII D_ -I n
5315258 2 70 3.000 2.000 2.500
5315260 3 45 3.750 2.875 3.500
5315262 4 80 3.875 3.750 4.500 _

nLll

Nonmetallic Conduit Clamp

Part Trade Carton AP «» gy
Number Size Qty. W L H
5133735 2 200 3.313 | 4.000 2.563
"
5133740 3 100 5.125 | 6.000 | 3.563
5133353 4 100 6.000 | 7.000 | 4.625

| e I

[y
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Telephone Duct - Fittings & Accessories

Standard Riser - 10’ Lengths

. Approx. | Feet per
Part No. Size Wit Pack
A23BA12 1 316 100
A23CA12 2 619 50
A23DA12 3 1.435 50
A23EA12 4 2.045 50
Schedule 40 Riser - 10’ Lengths
CANTEX Size Approx. | Feet per
Part No. Wit. Pack
A25CA12 2 1.401 50

Wye Branch Adapter (White)

. Approx. | Carton
Part No. Size Wt Qty.

5163556S 4 4.000 12

(R
.215- : .215- i : T 133
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Schedule 40 & Schedule 80 90° Special Radius Elbows Bell End

Schedule 40 90° Elbow Special Radius - Bell End

Schedule 40 90° Elbow 24” Radius Bell End

- R o [ [ L]
5133924 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688
5233837 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688
5233822 | 4 24.000 | 24.000 | 24.000 | 3.375 | 3.250 | 37.688
" H n Dimensions are nominal
Schedule 40 90° Elbow 36” Radius Bell End
5233848 | 2 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
'_ 5233930 | 3 36.000 | 36.000 | 36.000 | 3.125 | 2.500 | 56.500
5233842 | 4 36.000 | 36.000 | 36.000 | 3.375 | 3.250 | 56.500
Dimensions are nominal
Schedule 40 90° Elbow 48" Radius Bell End
| "o" @TD NEr?]rtt)er Té?zdee w o L MSIN MEI;N =
| us 5233876 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
. 5233817 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375
5233843 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375

Dimensions are nominal

Schedule 80 90° Elbow Special Radius - Bell End

Schedule 80 90° Elbow 24" Radius Bell End

———————— [ o [ L ]
______________ 5121036 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688
5121031 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688
5221022 | 4 24.000 | 24.000 | 24.000 | 38.375 | 3.250 | 37.688
Y H ; ) } ‘ Dimensions are nominal
Schedule 80 90° Elbow 36" Radius Bell End
NE;rtt)er Tgiazdee ‘R o H M?N MIIBN T
5121047 | 2 36.000 | 36.000 | 36.000 | 2.000 | 2.000 | 56.500
5121038 | 3 36.000 | 36.000 | 36.000 | 3.125 | 2.500 | 56.500
T T 5221023 | 4 36.000 | 36.000 | 36.000 | 3.375 | 3.250 | 56.500
nSu Dimensions are nominal
AL Schedule 80 90° Elbow 48" Radius Bell End
e [ B2 [ [0 [ [l [ |
| 0" (("»US 5221075 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
| e 5221082 | 3 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375
5221024 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375

Dimensions are nominal

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

. EANT=X



Schedule 80 90° Elbow Special Radius - Bell End

,,,,,,,,, Schedule 80 90° Elbow 24” Radius Bell End
------------ e e I I I I Y
5121036 | 2 24.000 | 24.000 | 24.000 | 2.000 | 2.000 | 37.688
5121031 | 3 24.000 | 24.000 | 24.000 | 3.125 | 2.500 | 37.688
"y 5221022 | 4 24.000 | 24.000 | 24.000 | 3.375 | 3.250 | 37.688
Dimensions are nominal
Schedule 80 90° EIbow 36" Radius Bell End
5121047 | 2 36.000 | 36.000 | 36.000 [ 2.000 | 2.000 | 56.500
T o 5121038 | 3 36.000 | 36.000 [ 36.000 [ 3.125 | 2.500 | 56.500
ngn 5221023 | 4 36.000 [ 36.000 | 36.000 | 3.375 | 3.250 | 56.500
Dimensions are nominal
AL — Schedule 80 90° Elbow 48" Radius Bell End
L. €. [l Rl =
| 5221075 | 2 48.000 | 48.000 | 48.000 | 2.000 | 2.000 | 75.375
5221082 | 3 48.000 | 48.000 | 48.000 | 3.125 | 2.500 | 75.375
5221024 | 4 48.000 | 48.000 | 48.000 | 3.375 | 3.250 | 75.375

Schedule 80 45° Elbow Special Radius - Bell End

Dimensions are nominal

Schedule 80 45° Elbow 24” Radius Bell End

5221101 | 2 24.000 | 7.000 | 17.000 | 2.000 2.000 | 18.875
5221014 | 3 24.000 | 7.000 | 17.000 | 3.125 2.500 | 18.875
5221089 | 4 24.000 | 7.000 | 17.000 | 3.375 | 3.250 | 18.875
Dimensions are nominal
. Schedule 80 45° Elbow 36” Radius Bell End
5221098 | 2 36.000 | 10.500 | 25.438 | 2.000 | 2.000 | 28.250
5221077 36.000 | 10.500 | 25.438 | 3.125 | 2.500 | 28.250
B 5219821 | 4 36.000 10.500 25438 | 3.375 | 3.250 | 28.250
eenre Dimensions are nominal
( D Schedule 80 45° Elbow 48”Radius Bell End
e e BT o [ L ]
5221078 48.000 14.000 33.938 | 3.125 | 2.500 | 37.688
5221091 | 4 48.000 | 14.000 | 33.938 | 3.375 | 3.250 | 37.688
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Telephone Duct - Special Radius Elbows Bell End

CAO 90° Special Radius Elbows - Bell End

5163856 4 24.000 | 24.000 | 24.000 6.000 6.000 | 37.688
5163850 4 36.000 | 36.000 | 36.000 6.000 6.000 | 56.500
5163859 4 48.000 | 48.000 | 48.000 6.000 6.000 | 75.375
5136853 4 60.000 | 60.000 | 60.000 6.000 6.000 | 94.250
5163857 4 150.000 [150.000 [150.000 6.000 6.000 [235.625

Dimensions are nominal

DBHM-60 90° Elbow Type DB Duct - Bell End

o [T w o | R & e
5123867 2 24.000 24.000 | 24.000 | 2.000 2.000 37.688
5123868 2 36.000 36.000 | 36.000 | 2.000 2.000 56.500
5123865 2 48.000 48.000 | 48.000 | 2.000 2.000 75.375
5123871 3 24.000 | 24.000 | 24.000 | 3.125 2.500 37.688
5123872 3 36.000 36.000 | 36.000 | 3.125 2.500 56.500
5123869 3 48.000 48.000 | 48.000 | 3.125 2.500 75.375
5123875 4 24.000 24.000 | 24.000 | 3.375 3.250 37.688
5123876 4 36.000 36.000 | 36.000 | 3.375 3.250 56.500
5123877 4 48.000 48.000 | 48.000 | 3.375 3.250 75.375

Dimensions are nominal

[y
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Telephone Duct - Special Radius Elbows Bell End

CAO 45° Special Radius Elbows - Bell End

BB w o | v | R R e
5163748 4 24.000 [ 7.000 17.000 6.000 | 6.000 17.000
5163750 4 36.000 | 10.500 25.438 6.000 6.000 25.438
5163753 4 48.000 | 14.000 33.313 6.000 6.000 33.938
5163763 4 60.000 | 17.563 42.375 6.000 6.000 42.375
5163758 4 150.000 | 52.750 | 127.250 6.000 | 6.000 | 106.063

Dimensions are nominal

DBHM-120 45° Special Radius Elbows - Bell End

_ i 5125767 2 24.000 3.188 | 12.000 2.000 2.000 12.563
sT 5125879 2 36.000 4.813 | 18.000 2.000 2.000 18.875
J 5125769 2 48.000 6.438 | 24.000 2.000 2.000 | 25.125
5125774 3 24.000 3.188 | 24.000 [ 12.000 3.125 12.563
5125772 3 36.000 4.813 | 18.000 3.125 2.500 18.875
5125737 3 48.000 6.438 | 24.000 3.125 2.500 25.125
5125753 4 24.000 7.000 | 17.000 3375| 3250 18.875
5125776 4 36.000 | 10.500 | 25.438 3.375 3.250 28.250
5125744 4 48.000 | 14.000 | 33.313 3.375 | 3250 | 37.688

CAO 22-1/2° Special Radius Elbows

Special Radius Elbows - Bell End

e I I N -
5163638 4 24.000 3.188 | 12.000 3.375 3.250 12.563
5163630 4 36.000 4.813 | 18.000 3.375 3.250 18.875
5163631 4 48.000 6.438 | 24.000 3.375 3.250 25.125
5163627 4 60.000 4.563 | 23.000 3.375 3.250 23.563
5163644 4 300.000 4.000 | 114.500 3.375 3.250 114.50

Dimensions are nomina

CAO 11-1/4° Special Radius Elbows

Special Radius Elbows - Bell End

Part
Number

Trade
Size

5P “g

«RY “Q “@qr Vi e

|

5163616

24.000 .469 4.688 3.375 3.250 4.719

5163620

4 36.000 .688 7.000 3.375 3.250 7.063

5163615

48.000 .938 9.375 3.375 3.250 9.438

Dimensions are nominal

) (=
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Telephone Duct - 22-1/2° & 11-1/4° Elbows Bell End

DBHM-120 22-1/2° Special Radius Elbows - Bell End

G |E w (o | R & e
5125763 2 24.000 1.813 9.188 2.000 1.5 9.438
5125768 2 36.000 2.750 13.750 | 2.000 2.000 14.125
5125825 2 48.000 3.625 18.375 | 2.000 2.000 18.875
5125805 3 24.000 1.813 9.188 3.125 2.500 9.438
5125773 3 36.000 2.750 13.750 | 3.125 2.500 14.125
5125794 4 24.000 1.813 9.188 3.375 3.250 9.438
5125750 4 36.000 2750 13.750 | 3.375 3.250 14.125
5125733 4 48.000 3.625 18.375 | 3.375 3.250 18.875

Dimensions are nominal

Schedule 40 22-1/2° Special Radius Elbows ((]9

Bell End gk
S (B | o [ R R e
5233915 2 24000 | 1813 | 9.188 [ 2000 | 15 9.438
5233851 2 36.000 | 2750 | 13750 | 2.000 | 2000 | 14.125
5233904 2 48000 | 3625 | 18375 | 2.000 | 2000 | 18.875
5233903 3 24000 | 1813 | 9.188 | 3.125 | 2500 | 9.438
5233904 3 36000 | 2750 | 13750 | 3.125 [ 2500 | 14.125
5233909 4 24000 | 1813 | 9188 | 3.375 | 3250 | 9.438
5233853 4 36.000 | 2750 | 13750 | 3375 | 3250 | 14.125
5233932 4 48000 | 3625 | 18375 | 3.375 | 3250 | 18.875

Dimensions are nominal

Schedule 40 11-1/4° Special Radius Elbows - Bell End

. EANT=X

5233974 2 24.000 469 4.688 2.000 2,000 4.719
5233991 4 24.000 469 4.688 3.375 3.250 4.719
5233963 2 36.000 688 7.000 2.000 2.000 7.063
5234082 3 36.000 688 7.000 3.125 2.500 7.063
5233910 4 36.000 688 7.000 3.375 3.250 7.063
5233990 4 48.000 .938 9.375 3.375 3.250 9.438

Dimensions are nominal
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Solvent Cement & Primer

P —

x PVC No. 99
||| Conduit
‘Solvent
Cement

e

s LOW VOC

(] Cledl

Pipe

(Polyvinyl Chioride) S
For use with PVC Conduits, Ducts :ﬂtings'
Do Not Use for Pressure Pi and

| e P16 FLL 02
< ANGER: extremery

L
mmﬂ""',',,,ml"

UARMFuL. Ay causE FLASH FIRE MA

CAREFULLY READ CAUTIONS O ICC o - 51

u SWALLOWED, Wy inRiTATESKINORETEL

RE S
\ DUCED EMISSI%N6 02

Part # 721

-

J

CANTEX PVC cement and primer are for use on rigid PVC Electrical Conduit.
DO NO USE FOR WATER, SEWER OR DWV INSTALLATIONS.






Solvent Cement & Primer for Conduit and Fittings

CANTEX PVC cements and primers are for use on rigid PVC Electrical conduit and fittings.

We recommend the use of CANTEX PVC cements and primers with CANTEX PVC products
since they are especially formulated for use with our products.

DO NOT USE FOR WATER, SEWER OR DWV INSTALLATIONS.

Conduit Cement No. 99

NE;rttJer Size Cgrtt}?n
7210601 1/2 Pint 24
7210602 Pint 12
7210603 Quart 12

Conduit All Weather Cement

Conduit Cement No. 99 - Gray

R

Conduit Primer No. 10

Part . Carton
Number Size Qty.
7210502 Pint 12
7210503 Quart 12

ey e Tl
oy ven e 5 esioN
Part # 7210502

Part ; Carton Part . Carton
Number Size Qty. % Number Size Qty.
\ 0 1 0. o i
‘ k?l"v?,’é’imé'« 7210411 1/2 Pint 24 E' WZTd:;g 7211301 1/2 Pint 24
Fast-Dry Solvent
\‘Eﬂg;m‘g:g{- e 7210412 Pint 12 i 7211302 Pint 12
e q
‘ :3}:,?:;9% 7210413 Quart 12 7211303 Quart 12
Pan#
ESTIMATED SOLVENT REQUIREMENT PER 1,000 FEET IN QUARTS
One weld per 20 feet
Pipe Size 1/2” 3/4” 17 1-1/4” 1-1/2" 27 2-1/2" 3’ 4’ 5
Cement 1/2 1/2 12 1 1 1 1-1/2 1-1/2 2 2-1/2
Primer 1/2 1/2 1/2 1 1 1 1-1/2 1-1/2 2-1/2

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX

ENT NO. 50 Cement
Solvent Cement for EZ-FLEX ENT
=™ Part . Carton
Number Size Qty.
X tonvoe
||| ° = 7210402 Pint 12
ke Solvenl
z ﬁ.ﬁ wem)ni 4 7210403 Quart 12
Qs
u : :::;IISEFL‘.WFIK ::”
: 817-215-7001

www.cantexinc.com
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Single Gang Nail On Residential Box

”B" IICII
® Pr—SY W
; 1 =T V —E=
=k e =] T
d= =

A PVC SWITCH BOX
Cl <z —
— — — T P
=1l o \[E=] — T
o ——
(G'ID _ 18 Cubic Inch 20.3 Cubsic Inch
175 2 hour fire-rated Part Carton A . o NPartt) (g)arton “n e o
Number | Quanti umber uanti
Four knockouts y ol
. . EZ18SNW 100 3.875 | 2250 | 2.875 EZ20SNW 100 3.875 | 2250 | 3.125
Enhan_ced angled nails for qUICk Dimensions are nominal Dimensions are nominal
mounting between studs.
23 Cubic Inch
Part Carton A = wn
Number | Quantity . = C
EZ23SNW 100] 3.875 | 2259 | 3.500

Dimensions are nominal

| uB" |
- —

e
_FETEIE
N N — s —— - — - — ]
EANTEN ‘
PVC SWITCH BOX
18 CU. IN. (295MI3) VOL.
EZ18SN
~ (BB
© Mm Amws
E.:‘u:’.:" 9/14
1 8/12
710
N N
ViNQYiN g
O mm
=2 hour fire-rated . .
18 Cubic Inch 20.3 Cubic Inch
Four clamps
Enhanced angled nails for quick Nsrarl]rkt)er é}l?;]%r;y pn g “cr Nsrirtt)er C?Liar:]ct)irt]y “p g o
mounting between studs.
EZ18SN 100 3700 | 2250 | 2.840 EZ20SN 100 3700 | 2250 | 3.130

Dimensions are nominal Dimensions are nominal

23 Cubic Inch
Part Carton 6P s ww
Number | Quantity A B C
EZ23SN 100 3.700 | 2.250 | 3.600

Dimensions are nominal
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Single Gang Screw Nail Residential Box

'B , u, C n
m_m_.::@ ) ) 7777 )M

VAN S = e — -

A" PVC SWITCH BOX
C
ANEYIN -
i —
€ l’ 2 hour fire-rated . .
oo 18 Cubic Inch 20.3 Cubic Inch
Four clamps Part Carton o 2D wrw Part Carton o = o
Number | Quantity A~ = c Number | Quantity A B Y

Designed for use on aluminum,
light to medium grade steel or wood | EZ18SNZ | 100 3875 | 2250 | 2.875 EZ20SNZ 100 3875 | 2250 | 3.125
studs. The sharp point, slotted Dimensions are nominal Dimensions are nomina
head and threaded body allows for

installation using a power screwdriver 23 Cubic Inch
without having to pre-drill. It can just b c

as easily be installed on wood studs | wimer | Guanty | A | B | ©
using a hammer.

EZ23SNZ 100 3.875 | 2.259 | 3.500
Dimensions are nominal

EZ BOX® Single Gang Nail On Residential Box with Express Clip

uBu ”C"
;mzm_mm_;:@ P—S\ i
=) o= N
ESRYJES e
C — —

A PVC SWITCH BOX
3 .- C S S
=l oY= —EE—
(GIDUS 2 hour fire-rated 18z Cubic Inch 20.3 Cubic Inch
Part Carton wp» “Ry ww Part Carton apn “Ry w

Four knockouts Number | Quantity A B C Number | Quantity & E c
The _Express Clipe i_s designed FO EZ18SNU 100 3875 | 2250 | 2.875 EZ20SNU 100 3875 | 2250 | 3.125
provide EZ installation of electrical Dimensions are nominal Dimensions are nominal
devices. With a hammer, tap the .
device screw. Turn the screw an 23 Cubic Inch
approxmate qu_arter turn for a quick, NParg (g:artct)n A g “
secure installation. umber | Quantity

EZ23SNU 100 3875 | 2259 | 3500

Dimensions are nominal

[y
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EZ BOX®Two Gang Nail On Residential Box

g

\WTERTE,

GTDus 2 hour fire-rated

Eight clamps
Enhanced angled nails for quick
mounting between studs.

EZ BOX® Residential Switch/Outlet Boxes

i T
o o
_.51._ {
A G
32 Cubic Inch

Part Carton e gy arn ary pra. e wran
Number | Quantity A B C D E F G
EZ32DN 50 3.813 | 3.938 | 3.500 | 3.688 .094 3.063 | 3.063

Dimensions are nominal

EZ BOX®Two Gang Residential Box with Screw Nail

\WTERTE,

GTDus 2 hour fire-rated

Eight clamps

Enhanced angled nails for quick
mounting between studs.

Designed for use on aluminum, light
to medium grade steel or wood studs.

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

TWO GANG
SWITCH BOX

32CUIN. 1614 c "D"
(524 ML)VOL }‘Z‘%
1 —}/ I
" e
g
32 Cubic Inch
Part Carton e s A e = = T
Number | Quantity H = C = E . G
EZ32DNZ 50 3.813 | 3.938 | 3.500 | 3.688 .094 3.063 | 3.063

Dimensions are nominal

EANT=X
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Three Gang Residential Box

7T )
V. V.V V.V __._ }7

\WTERTE,

@IDUS 2 hour fire-rated 44 Cubic Inch

Part Carton wpn “pr “o “ry
Eight clamps Number | Quantity A~ B Y D
Enhanced angled nails for quick EZ44TN 50 5800 | 3700 | 2750 | 3.700

mounting between studs. Dimensions are nominal

EZ BOX®Three Gang Residential Box with Screw Nail

ANAAAAAN
4 4 4

S

\WTERTE,

('I'l, 44 Cubic Inch
V) us 2 houir fire-rated

Part Carton o e w “y
Number | Quantity A B C D
_ . EZ44TNZ 50 5.800 | 3.700 | 2750 | 3.700
Enhanced angled nails for quick Dimensions are nominal
mounting between studs.

Eight clamps

Designed for use on aluminum,
light to medium grade steel or wood
studs.

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Four Gang Residential Box with Nails and Adjustable Bracket

\WTERTE,

((IDUS 2 hour fire-rated

Twelve clamps and adjustable
bracket for quick, secure mounting
between studs

PVC FOURGANG
SWITCH BOX

55 CULIN. (901 ML) VOL.
EZ550N8

55 Cubic Inch
Part Carton e anp “y
Number | Quantity L W D
EZ55QNB 25 7625 | 3.625 | 2.625

Dimensions are nominal

EZ BOX® Four Gang Residential Box with Screw Nail and Adjustable Bracket

((Ib)us 2 hour fire-rated

Twelve clamps, enhanced angled
screw-nails and adjustable bracket
provides easy, secure installation.

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

PVC FOURGANG
SWITCH BOX

55 CU.IN. (901 ML) VOL.
EZ550)

55 Cubic Inch
Part Carton i) NP =
Number | Quantity L ks =
EZ55QNBZ 25 7625 | 3625 | 2.625

Dimensions are nomina

EANT=X
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Single Gang Steel Stud Residential Box

CANTEX | @ e B
B YT v %
“L" “ID" @ |"oD —f— :|
J
7
)
WTERTE, W o
(GIDus 2 hour fire-rated 20.3 Cubic Inch
Four Clamps o | Smen | o | e | o oo [ w

Bracketed for steel stud installations

Bracket is molded with the box. EZ20SB 100 3.188 | 3.688 | 3.250 | 2.875 | 2.250

Dimensions are nomina

MULTI-GANG BOX

e Largest PVC cubic inch box on the market

¢ Accepts larger wiring devices;
(i.e. dimming switches, fan switches, FGCI, motion
sensors)

¢ Allows for additional wire capacity
¢ Can be used with wood or steel studs

¢ Dividers are available to partition boxes for installation
of low voltage/communication applications

e Contractor preferred clamps lock wiring in place

48 cu. in. 74 cu. in.
TWO GANG BOX THREE GANG BOX
EZ48DN EZ74TN

Contractor
Preferred Clamp

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX®Two Gang Residential Box for Steel or Wood Studs

e AN

\&/ &/ L -
INAR DI =
o e i ®| "o B
\@ N NN N ® | o
/3 /3 i
v %/
o
o
(‘I‘I’ 48 Cubic Inch
us 2 hour fire-rated
ustes Part Carton “pr g o D e
Number | Quantity
Six clamps _ _ EZ48DN 50 | 6.688 | 4.000 | 2625 | 3.000 | 2875
Bracketed for steel stud installations Dimensions are nomina

Bracket is molded with the box.

EZ BOX® Two Gang Residential Box for Steel or Wood Studs with Screw Nail

@ N N N N
0 e O
@ Billa] @ o "
\& IMN NN N ® o
/N /N 0T
b %/
o D"
(GTDUS 2 hour fire-rated 48 Cubic Inch
Part Carton wpn «R? «on ary apr
. Number | Quantity A B C D E
Six clamps
Bracketed for steel stud installations E748DNZ | 50 |cEeome e N me

Bracket is molded with the box. Dimensions are nominal

i)
CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com : ANT— )( 151



EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Three Gang Residential Box for Steel or Wood Studs

/ 0 N N N N N
37014 THREE GANG
3212 DEVICE BOX
29/10 74 CUIN.

@ 2 (1213 ML) VOL. nDn
24.3 CU.IN. 22 CU.IN. 24.
Q (398 MIL) VOL. (360 MIL) VOL. (39
Ve [N A
4\ £ —ﬁ‘
n

\WTERTE,

(1) ——
o, us our tire-rate 74 Cubic Inch

Twelve clamps Part Carton . — . —
. . Number | Quantity K E C =
Bracketed for steel stud installations
Bracket is molded with the box. EZ74TN 50 8375 | 2625 | 3.000 | 4.000
Dimensions are nominal

EZ BOX® Three Gang Residential Box for Steel or Wood Studs with Screw Nail

@
o R
% (Za:jsfsM\L‘)'\ZOL. Ngsg‘i}l:r)'vm . 123
o [LANNADNANA
LA\ A SR\ i
N S %
o
re, "
(6“’ us 2 hour fire-rated .
74 Cubic Inch
Twelve clamps Part Carton
| " g o o
. . Number | Quanti
Bracketed for steel stud installations 1y
Bracket is molded with the box. EZ74TNZ 50 | 8375 | 2625 | 3000 [ 4.000
Dimensions are nominal

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Non-conductive Divider for Use with Low Voltage Devices

\WTERTE,

€.

Used to divide multi-gang, maximum capacity Low Voltage Divider

boxes to allow installation of communication Part Carton | s - - - = =
device with standard switch or outlet. Fits two Number | Quantity

or three gang maximum capacity EZ Boxe EZLVD 50 3.834 | 2778 | 3870 | 2970 | 2749 | 3.732

" B " IIEII IIF ”

'REMOVE TAS WHEN USED [N EZ48 (2GANG)

HEIUNRTS]

Dimensions are nominal

USE WITH THESE EZ BOX® MULTI-GANG RESIDENTIAL BOXES

EZ48DN - Two Gang with Nails
EZ48DNZ - Two Gang with Screw Nails
EZ74TN - Three Gang with Nails
EZ74TNZ - Three Gang with Screw Nails

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Heavy Wall Switch/Outlet Boxes

v EANT=X

22 Cubic Inch Single Gang Box 33 [ 3.19in |
81.02mm
Part Carton 7 " [95.25mm |
Number | Quantty | Width | Height | Depth
EZ22SN-HW 100 2.35 3.28 2.89
% ] a}
£ |
5 E C E
@ s E
t)
: 2.15in l
54.58mm 3.31in
[84.02mm | —
5 2.35in
=l (S . [59.69mm]
| O] & |
\WTERTE, ™ g
]
. . _ 3l
(([Dus 2 hour fire-rated ERE i
2.09in
[53.06mm |
35 Cubic Inch Two Gang Box
Part Carton f q -
Number Quantity Width | Height | Depth o = N
S gl EE = _E
EZ35DN-HW 48 4147 3.85 3.59 R RS s E < E
O ™o “see
1.81in
[45.97mm |
1.76in
| [4470mm] 4.17in
| [105.92mm ]
|
1
© =
2
(GTDus 2 hour fire-rated

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com



EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Heavy Wall Switch/Outlet Boxes

53 Cubic Inch Three Gang Box

Part Carton - -
Number Quantity Width | Height | Depth
EZ53TN-HW 24 5.90 3.55 3.50 -

3.85in
[97.79mm ]
7.00in
[177.68mm |

3.55in
[90.17mm

5.90in
. [149.86mm ] — ?Q

3.71in
[94.36mm |

o 0.56in —
y 14.18mm | ! /
GTDus 2 hour fire-rated

64 Cubic Inch Four Gang Box

‘ 03
Part Carton : ;
Number Quantity Width | Height | Depth = & T
EZ64QN-HW 24 | 776 | 385 | 350 5 & s
[\4 "
°5) oS

g

7.76in 3.59in
[197.10mm] _ | [91.19mm ]

\WTERTE,

((I\b)us 2 hour fire-rated

FAX: 817-215-7001 www.cantexinc.com : ANTE)( 155
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Heavy Wall Ceiling Boxes

25 Cubic Inch Ceiling Box

Part Carton ] ;
Number Quantity Width | Height | Depth
EZ25CN-HW 24 4.00 4.00 3.00

7.01in
[178.03mm |
2.96in
[75.21mm ]
0.35in

\WTERTE,

((]Dus 2 hour fire-rated

25 Cubic Inch Ceiling Box
with Ground Lug o

Part Carton : :
Number Quantity Width | Height | Depth

EZ25CNG-HW 24 4.00 4.00 3.00

6.28in
[159.63mm |

0.78in ‘
[19.80mm ]| |
1.58in
[4016mm || |

3
[76.20mm
—
|

0.56in

14.24mm |

\WTERTE,

(6“9”5 2 hour fire-rated

25 Cubic Inch Ceiling Fan Box
with L-Bracket

7.01in

Part Carton : : [177.99mm |
Number Quantity Width | Height | Depth
EZ25CF-HW 24 4.00 4.00 3.00

\WTERTE,

((Ib)us 2 hour fire-rated

[y
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25 Cubic Inch Ceiling Box

with Hanging Bar

EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Heavy Wall Ceiling Boxes

Part Carton - -
Number Quantity Width | Height | Depth
EZ25CH-HW 20 4.00 4.00 3.00

\WTERTE,

(('IIDUS 2 hour fire-rated

25 Cubic Inch Ceiling Box
with Hanging Bar & Ground Lug

o t ] ot
f — )

E 1

opo Ou.ﬂ

0.86in
[21.83mmj
4.00in
[101.56mm ]

Part Carton
Number Quantity

Width

Height

Depth

EZ25CHG-HW 20

4.00

4.00

3.00

\WTERTE,

@IDus 2 hour fire-rated

o ‘ o
‘ — ‘
P |
Opﬂ OH,Q
0.86in
[21.83mm)
4.00in ‘
| [101.56mm ] |

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001

www.cantexinc.com
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Adjustable Switch & Outlet Boxes

Nonmetallic

Adjustable to fit most wall thickness
Easy to install

Easy to adjust

Available in one and two gang
Meets NEMA specifications

\WTERTE,

€.

21 Cubic Inch Single Gang

Adjustable Box i
q_s = & _F
Part Carton ; ; S Els cElcf <&
Number | Quantity [ Width [ Height | Depth HR33 O | g5/8 5 Bf
EZ21SBZ-ADJ 24 2.14 3.65 3.188 2 ]

_ 2.14in
: sagomm| —L2
Je g
s
g 1.52in
[38.73mm | 2.24in
0.21in [56.89mm |

[5.29mm |

3.32in
[84.33mm |

MEUE] 1

2
[12.70mm ]

| -
\WTERTE, E .E
@Ib)us 2 hour fire-rated "

34 Cubic Inch Two Gang

Adjustable Box
I
Part Carton . . :
Number Quantity Width | Height | Depth NG
EZ34DBZ-ADJ 16 4.00 3.37 3.00 § @
=2 =0=
3 Q =
B S »
&S
o] O (0] =
2.70in
| [68.58mm ]
&
L § 5
5
2.05in 2
52.12mm

(q@us 2 hour fire-rated

IsTE

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Handy Wall Box & Covers

\WTERTE,

€.

<z

21 Cubic Inch Single Gang

e Multi-Purpose Electrical Switch/Outlet Box
e Four cover styles available

e Easy to install
e Meets NEMA specifications

1.93in
_ [49.02mm

]

| ﬁf\ e
R e
_ [99?695(:3" ] -

h |
Adjustable Box
Part Carton . : /7 =
Number | Quantity | Widh [ Height f Depth (@ /\e)\/
EZ12S0 50 | 213 | 390 | 193 ’ :
3.80in
‘ [96.60mm ]
Switch Cover 0.38in Duplex Cover
1 [9.71mm ] _
Part Carton § E . Part Carton
Number Quantity S § fl Number Quantity
EZSL-TGL 25 S @ - EZSL-DPLX 25
g,%, & D c E
. =
2.37in A
[60.07mm ] 4
i [6.35mm
A €.
US LIS TES
" 1, GFCI
Blank Cover (6.38mm] 2 360 Receptacle Cover
_ . [5998mm] __
Part Carton Part Carton
Number Quantity N Number Quantity
EZSL-BLANK 25 © EZSL-GFCI 25
3 sf
s
I @
e

\WTERTE,

€.

\WTERTE

€.

|
g &
oL 8
2
cf ¢ £
Rg I8
6
e
§& 2.36in
©
= E [59.98mm ] 1,
& 7
[6.35mm ]
——n
1.30in 1,
33.07mm | _ 4
= = __[6.35mm ]
= o el
£ £ c £
c c
RE &8 8
~y 82 S
LRk £
e 237in
[60.07mm |

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Vapor Proof Boxes

* Energy efficient electrical boxes for exterior walls eliminates air leaks
Available in one, two and three gang switch/outlet boxes and the round ceiling box

*  Meets NEMA specifications

23 Cubic Inch Single Gang Box

Part Carton - ;
Number Quantity Width | Height | Depth 2 son
0.42i X
EZ23SN-RG 60 210 | 228 | 374 (100mm] [redinm]l o
€|
h— — —|co c%
I i o)
c E c E EE | S —— [
g 8 35 SE
Ao B = &) © 3|
= + +
=
2.10in
[53.34mm |
2.20in
[56mm ]
(GIDUS 2 hour fire-rated
36 Cubic Inch Two Gang Box
Part Carton - :
Number | Quantty | Width [ Height  Depth
EZ36DN-RG 48 3.688 | 3.410 | 3.300
1.40in
[35.63mm ] 1.81in
) [45.97mm ]
0.05in
2 - [1.27mm
4& r== 2l
- i 3
| — E g - -~ )
SS|SE SEl
g5y | =0 e
_ I Y W x| f
o olf I
M 0.06in
| .‘%—/ [1.52mm
3.30in '
3.92in
[83.82mm | [99.65r[nm ]
5.32in
| [135.12mm

@IDUS 2 hour fire-rated

[y
160 :AN I =)( CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com



EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Vapor Proof Boxes

54 Cubic Inch Three Gang Box
5.73in
1.81in

Part Carton 7 ] [145.62mm ]
Number | Quantty | Width | Height | Depth = - —— [45.97mm ]
EZ54TN-RG 24 7.163 4.69 3.25 V %
| S _19F 107 1o f
£ = e e e oMo o E‘ E =
Sfcc 5L 85 s
83 &S 85 88 &S
Qogv.o’- ° ... ®,,0 o mg mg <o
—| — X JI—
£
sE o1 =
<9
© i
] - (
i cE
RS [
N
(= THNENENEN
|

\WTERTE,

@I@us 2 hour fire-rated

s

EZ BOX® Vapor Proof Ceiling Box

26 Cubic Inch Ceiling Box

Part Carton - -
Number Quantity Width | Height | Depth -
EZ26CN-RG 48 3.960 | 3.960 | 2.740 Nm@

6.84in
[173.67mm ]

5.18in
[131.59mm]

3.96in
[100.59mm ]

3.82in
[96.95mm |

\WTERTE,

(GI.Dus 2 hour fire-rated

Suitable for fixture support only.
50 Ibs. maximum

EANT=EX
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® ENT Switch/Outlet Boxes

* Full product offering of 1 & 2 gang boxes
* Used with ENT snap-in fittings or standard Schedule 40 fittings

16 Cubic Inch Single Gang Box

Part Carton 8 8
Number Quantity Width | Height | Depth
EN16SB 25 210 | 328 | 297 - 51 5
EN o o o o = .
N 7\ N
33 © s BN A O \@ 0.08in
=, So 3 2 [[ [2.03mm ]
X |3 I
3 —
3° 3.28in
T _ || [8331mm] || _
2.82in
[71.63mm |
(GIDus 2 hour fire-rated
20 Cubic Inch 4” Square Box
Part Carton A . 1.38in
Number Quantity WicitS| Ahiefght| fReptt | [35.03mm |
EN20DB 100 7 167 4 < §
=D
3.88in e g I
[98.52mm | SE SE ° 5 °
N ] 8 S © o [}
(s} 8 < §
o 2 =
i G O
£ ST, B
o
g8 | O 2
~K
o ° o
1.67in ° o
o |- [4234mm] L
(GIDUS 2 hour fire-rated

22 Cubic Inch Single Gang Box

Part Carton . : 2.75i
Number | Quantity [ Width [ Height | Depth 3.25in (69.85mm ] 3.40in

[82.55mm | [86.24mm |
EN22SB 25 210 3.69 BAI8!

3 T
2y o Mod ¢
335 et 355
| 3
3.69in 3.69in
[93.73mm | [93.73mm ]
o 2 3.28in

GIb | [83.34mm ]
\1V/us 2 hour fire-rated

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® ENT Switch/Outlet Boxes
38 Cubic Inch Two Gang Box

Part Carton : ; 2.76in = =
Number Quantity Cheein || RERS | DT [70.20mm | u ‘
EN38DB 25 3.96 3.70 BN5 "
e° © %
#)
R @ ’ 3.96in
@ [100.62mm ]
@ 3.46in
se55 [87.81mm ]
2.84in i ?J
[72.03mm | o)
3.30in o o
[83.75mm ]
o ] 3.70in SE
ERTE, | [93.94mm ] § f
(GI.DUS 2 hour fire-rated

EZ BOX® ENT Ceiling Boxes

Suitable for fixture support only
50 Ibs. maximum

20 Cubic Inch Ceiling Box © oo
I [42.é7mm]
Part Carton : ] T
Number Quantity Width | Height | Depth §§
EN20CB 50 4.16 4.16 2.20
B
(semml_| 3% s
§3
2
3? [ 0.48in ]
= - 12.09mm
1T

(G[Dus 2 hour fire-rated

20 Cubic Inch Ceiling Box
with L-Bracket

Part Carton - "
Number Quantity vireiil || ARG | D 4.16in
EN20CBL 50 | 416 | 416 | 220 [102:23{:’“]
[97.52mm |
ey M NIl <E
1z N\ Vil &8
= 38.10mm | Ng
1,
33
88.90 \
[ mm | @/\

(GI.DUS 2 hour fire-rated °o°

. [
CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com :AN I == )(®
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Low Voltage Brackets

* Open back easily accommodates low voltage wiring
* Used with ENT

* Fits standard faceplates

* Product variety for new and remodel construction

Single Gang Old Work Bracket

Part Carton - :
: Width | Height | Depth
Number Quantity 0.44in 4.30in
EZLV1-OW 12 260 | 430 44 [11.18mm ] [109.22mm ]
- - - |
2.85in
j ]ﬁ [72.39mm ]
2.69in ‘® °
[68.39mm |
0o 00
0.04in 0.55in (O
1.02mm] . [14.07mm] ° °
1.65in 3.28in
P [41.91mm | ] [83.31mm |
(GIDUS
Single Gang Add-On Bracket
Part Carton : :
Number Quantity Width | Height | Depth
1.78in
EZLVSB 24 1.78 2.75 2.25 0.10in —_[45.15mm
2.65mm |
cg g7 ©F
E%; | TN u'\_ai'; 0
0.74in =) —] o< 1 E
[18.80mm ] £ - c £
T S gl |f g5
= 1w | ~8
24" = ‘ ~
[57.15mm] LA U=
o)) b
0.14in
[3.48mm ]
(GIDUS
Single Gang Bracket with Nails
Part Carton - : 2.16in
Number Quantity Width | Height | Depth 1. [54.86mm |
EZLV1-NWN 24 2.16 3.73 1.50 [@_émm ]
r:i& #E@—m 7:1*
(G N L
N P — ©
oS ® @ RIS
o = w N 1N w ISENIE=S
38 || E¢ 0 25 5353
= i ® i:: 3 53
————
‘%7 e i

0.11in
_[2.91mm ]

[y
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EZ BOX® Residential Switch/Outlet Boxes

EZ BOX® Low Voltage Brackets

Two Gang Old Work Bracket
Part Carton - )
Number Quantity Width | Height | Depth
EZLV2-OW 6 4.30 4.31 43 NGEER
@ ° —
0.43in -~ e 4}
10.92mm | 3~ . .
~42.93mm | 5o b
1.69in g 5 .
g = % 2.85in
Iﬁ% §& [72.39mm]|| |
in 57 .28in
\WTERTE, 130_'2532"1m ] F [833.3218mm
Glb 0.59in 4.30in
( us _[15.08mm ] [109.22mm |
Two Gang Dual Voltage
Box/Bracket with Nails ,
0.07in
Part Carton ' . {7 oy [179mm ]
Number Quantity Width | Height | Depth = j’
88 sf
EDV2B 16 | 391 | 367 | 363 e Sé] ©
1.'?7in LP
29.72mm | —

2.97in
75.44mm |
3.28in
7.29in
185.16mm |

3.91in
99.33mm

T
| e
I 5
EL‘E

\WTERTE,

|
.

Two Gang Bracket with Nails

Part Carton | \wigth | Height | Depth

Number Quantity
EZLV2-NWN 24 410 | 375 | 3.13 k c
—— S

3.48in
[88.39mm ]
(I
1.84in
_[46.71mm
|>| 1.82mm |
O -
[}
1.72in
_[43.69mm|] _

1.59in
[40.44mm

[~ —
1.87in
1.72in [47.47mm |

[43.60mm |
Low Voltage Divider
Part Carton
Number Quantity
EZLVD-SW 50 Use with Multi-gang new work and old work

Heavy Wall switch/outlet boxes to install
communication device and standard electri-
cal switch or receptacle in a shard wall box.

0.09in
[2.36mm |

3.21in

81.50mm

\WTERTE,

€.

i)
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EZ BOX® Residential Switch/Outlet Boxes

EZ Box® Four Square Nonmetallic Box - 18 Cubic Inch

9/14 I | I I I
&3 L?g
7/10 @

©4 " SQUARE BOX 1B
uAr g e
[l s cuin. eos vy ll—.
@ VOLUME @ BB
\<&
(GI.Dus 2 hour fire-rated 18 Cubic Inch
Part Carton e e ww
. . Number | Quantity A B C
Enhanced angled nails for quick
mounting between studs or use the EZ18XN G| -0 || AL || SRS
flange mounting molded with the Dimensions are nomina
box.
Eight clamps

EZ Box® Four Square Nonmetallic Box - 32 Cubic Inch

T N

NININEN

N

N N
‘
4" SQUARE BOX T

€"’ 32 Cubic Inch

N s 2 hour fire-rated Part Carton A B “c
Number | Quantity

Enhanced angled nails for quick EZ32XN 50 6.125 | 4.000 | 4.750

mounting between studs. Dimensions are nominal

Ten clamps

[y
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EZ BOX® Residential Switch/Outlet Boxes

Shallow EZ Box® - Bracketed

1 Q} - T
— @
i &
=@ £
socUm (31 MUVOL g e e
@ & F
[ &
- @
1 @ R
w . .‘
8 Cubic Inch
Part Carton A gy arn “ry “n
Number | Quantity A B C D E
(GIDUS 2 hour fire-rated EZ08SB 25 2.375 | 3.563 3..313 : 1.250 6.43.8
Dimensions are nominal

Shallow EZ Box® - Flanged (Old Work)

@ @)
= =
A "¢t "D
S =l
@ @
i -

8 Cubic Inch
Part Carton W “gy wr wry wpe»
Number | Quantity K = C - E
€IL EZ08SF 25 4250 | 2.375 | 3.875 | 3.250 1.250
us 2 hour fire-rated Dimensions are nomina

EZ Box® Nonmetallic Communications Box

ol 5 P T\E
“ID" (S

9 e Liﬁ

f— W —| = sW—{

Part Carton “n AP “QUAP “ry
Number | Quantity L W SW D

EZ10SOLV 25 4.125 125 1.563 | 2.875
Dimensions are nominal
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EZ BOX® Residential Ceiling Boxes

EZ BOX® Nonmetallic Ceiling Boxes

Enhanced angled nails for quick mounting between studs.
Six clamps

2 hour fire rated

Maximum fixture weight = 50 pounds

Not for installation of ceiling fan

18 Cubic Inch
Part Carton wpn o P wry wen “en )
Number | Quantity A B C D E F G
EZ18CN 75 2.590 2.680 3.500 3.330 3.88 2.750 .380

Dimensions are nominal

Te,

@“’)us 2 hour fire-rated 20 Cubic Inch

Part Carton wpn wy e ary? e P «an
Number | Quantity A B C D E F G
EZ20CN 75 2230 | 2.300 | 3.500 | 2.830 | 3.830 | 3.500 | 2.750

Dimensions are nominal

[y
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EZ BOX®® Residential Ceiling Boxes

EZ BOX® Nonmetallic Ceiling Boxes with Ground Lug

Enhanced angled nails for quick mounting between studs.

Six clamps

2 hour fire rated

Maximum fixture weight = 50 pounds
Not for installation of ceiling fan

18 Cubic Inch
Part Carton e =5 wrn “ry o e “n “q
Number | Quantity A B c D E F G H
EZ18CNG 75 2590 | 2.680 | 3.500 | 3.330 .388 2.750 .380 440

Dimensions are nomina

20 Cubic Inch
Part Carton wpn “pg P “ry pa— wen P W
Number | Quantity A B c D E F G H
EZ20CNG 75 2230 | 2.300 | 3500 | 2.830 | 3.830 | 3.500 | 2.750 .450

(GIIDUS 2 hour fire-rated

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

Dimensions are nominal

EANT=X

169



EZ BOX® Residential Ceiling Boxes

EZ BOX® Nonmetallic Ceiling Boxes with Bar Hanger

Adjustable bar hanger adjusts from 14” to 18” for added support and adaptability
Six clamps

2 hour fire rated
Maximum fixture weight = 50 pounds
Not for installation of ceiling fan

o
20 Cubic Inch
Part Carton e o wrn ary “pn “e P
Number | Quantity A B c D E F G
EZ20CH 75 2230 | 2.300 | 3.500 | 2.260 141023 2.750 3.500

Dimensions are nominal

EZ BOX® Nonmetallic Ceiling Boxes with Bar Hanger and Ground Lug

Adjustable bar hanger adjusts from 14” to 18” for added support and adaptability
Six clamps

2 hour fire rated
Maximum fixture weight = 50 pounds
Not for installation of ceiling fan

13" or 24*

20 Cubic Inch
Part Carton wpn “y P ary “n “e ]
S Number | Quantity A B C 2 E F G
(GII.DUS 2 hour fire-rated EZ20CHG 75 2230 | 2.300 | 3500 | 2260 | 2.750 | 3.500 440

Dimensions are nominal

[y
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EZ BOX® Residential Alarm Boxes

EZ BOX® Nonmetallic EZ Boxe Red Alarm Ceiling Boxes

18 Cubic Inch

Part Carton wpn “y wrn “ry “En we wn

e, Number | Quantity A E e 2 3 F ©

((].D fi EZ18CNA 75 2590 | 2.680 | 3.500 | 3.330 .388 2.750 .380
N S 2 hour fire-rated Dimensions are nominal

For fire alarm or smoke detector installations.
Red in color for easy identification.

Nails angled for quick mounting between
rafters.

Maximum fixture weight = 50 pounds

Not suitable for ceiling fan installation.

Part Carton o = e “ry e e «an
Number | Quantity K e C = E . G

EZ20CNA 75 2230 | 2.300 | 3.500 | 2.830 | 3.830 | 3.500 | 2.750
Dimensions are nominal

EZ BOX® Red Single Gang Alarm Box

g e
o B i ——
JE=T o =T — e ———-—]—
J'= =
A PVC SWITCH BOX
a _ EENE T e g
vs 2 hour fire-rated - L
18 Cubic Inch 20.3 Cubic Inch
Four knockouts Part Carton A B “r Part Carton “pn gy “cr
For fire alarm or smoke detector Number | Quantity Number | Quantity
installations. Red in color for easy EZ18SNA 100 3875 | 2250 | 2.875 EZ20SNA 100 3875 | 2250 | 3.125
identification. Nails are angled for Dimensions are nominal Dimensions are nominal
quick mounting between studs. 23 Cubic Inch
Part Carton wpn o wr»
Number | Quantity A B C
EZ23SNA | 100 3875 | 2259 | 3.500

Dimensions are nominal

(=
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EZ Box® Residential Ceiling Fan Boxes

EZ BOX® Nonmetallic Ceiling Fan Boxes

o
f— " —
o) 5o
g N J
O O
v
(’\}SSIF/% " o
2 houir fire-rated D"
2-HR-C
12 Cubic Inch

Accommodates 3-1/2” and 2-9/16”

Part Carton “p B “ 0 “E e “G

mounting. Supports up to 70 Ibs. fan Number | Quantity
weight or 200 Ibs. fixture weight

EZ12CF 24 3.063" | 1.063” | 2.500” | 4.000" | 3.875" | 2.625" | .500"
Dimensions are nominal

— — T—— v
| booumvor . mummEEEe (I |
A\ (131 ML) 3 D Ij
¢§SSIF/€0 .
2 hour fire-rated 8 Cubic Inch
2-HR-C
- Part Cart wpn apy» a ay
Supports up to 35 Ibs. fan weight or Number Qli;n?i?y A B C D
50 Ibs. fixture weight.
9 EZ08CZ 25 4.250 | 3.500 .688 1.000

Dimensions are nominal

0.48in
[12.27mm]
(s5.32mml] -
e cE 1.59i
(5o ogmmn] 85 [40.50mm]
& 1.67in
i 0.69in [42.44mm]
= [17.65mm]
s&
3.85in = ﬁ
[97.86mm]
(GIDUS 2 hour fire-rated 20 Cubic Inch Ceiling Fan Box
Supports up to 35 Ibs. fan weight or Part Carton | \igth | Height | Depth
. . Number Quantity
50 Ibs. fixture weight.
EZ20CZ 18 400 | 400 | 230

[y
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&=,

2 hour fire-rated

2-HR-W

Four clamps

2 EZ Mount flanges

\WTERTE,

€.

Four clamps

2 EZ Mount flanges

Four clamps
2 EZ Mount flanges

EZ BOX® Residential Old Work Switch/Outlet Boxes

EZ BOX® Single Gang Old Work Residential Box

et

O ® @@ _ :_:_':
o

@ o ¥ lo 00 EE

W | rs\We]
14 Cubic Inch
Part Carton o Aanp “QWA P
Number | Quantity W swW ID

EZ14S0 50 4.063 | 2250 | 1.563 | 2.875

Dimensions are nominal

L
o
I
L L
21 Cubic Inch
Part Carton wpn P arn ary “pn “e
Number | Quantity A B C D E F
EZ21S0O 50 4100 | 2.300 | 2.200 | 3.700 | 3.500 | 3.000

Dimensions are nominal

EZ BOX® Single Gang Heavy Wall Old Work Residential Box

0.58in
[14.73mm ]

2.11in
[53.58mm |

\
N | T
_ W2 45.50mm
( 1.78in \ -
[45.20mm
18 Cubic Inch
Part Carton ; ;
Number Quantity Width | Height | Depth
EZ18SO-HW 36 2.54 3.28 3.50

CANTEX INC. 301 COMMERCE STE. 2700 FORT WORTH, TEXAS 76102 817-215-7000 FAX: 817-215-7001 www.cantexinc.com

1.76in
[44.70mm ]

EANT=X
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EZ BOX® Residential Old Work Switch/Outlet Boxes

EZ BOX® Two Gang Residential Old Work Box

LEFT SIDEVIEW,

&yssm,%
@) 2 hour fire-rated 25 Cubic Inch
Part Carton o = e e
. Number | Quantity A B C D
Six clamps EZ25D0 50 | 4000 | 4188 | 2938 | 2875
2 EZ Mount flanges - - -
Dimensions are nominal

2 houir fire rated

EZ BOX® Two Gang Residential Heavy Wall Old Work Box

1.81in 0.84in
[45. ] $'T_Tl 6.26mm | 0.70in
e 51;.71mm]
I

i

0.53in
[13.46mm |

2.94in
74.68mm |
4.28in
[108.64mm |

0.04in
__|_1.02mm

~ 1.74in
44.21mm |

‘ || [7.37mm)
| 0.64in

[16.26mm |

(GIDUS 34 Cubic Inch

Part Carton - .
i Number Quantity Width | Height [ Depth
Eight clamps
2 EZ Mount flanges EZ34DO-HW 18 413 | 363 | 350

2 houir fire rated

[y
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EZ BOX® Residential Old Work Switch/Outlet Boxes

EZ BOX® Three Gang Residential Old Work Box

— =

O

3.63in
[92.20mm |

0.94n
0.54in _[23.88mm ]

[13.72mm | ,_1

= gs
347in | & °3
[80.52mm

... - I N ! Q‘ml
(GID us 55 Cubic Inch

Six clamps Part Carton 3 ]

" | Width | Height | Depth
2 EZ Mount flanges Number | Quantity ¢ P
EZ55TO 6 594 | 344 | 350

EZ BOX® Four Gang Residential Old Work Box

T

,;
|

.

w6 8L
ue

=3 v.
3
=
" 35
[Wwz6gy

—

A B H
SN SO e
= B
o ) > 0.39in
. [991mm]
((]D 68 Cubic Inch
us
Part Carton ' :
i Number | Quantity [ Width [ Height  Depth
Eight clamps
2 EZ Mount flanges EZ68Q0 6 775 | 344 | 350

EZ BOX® Switch & Outlet Box Extender

-

2.96in
| [7484mm] |

—s;
' 1 67in
1 _[16/89mm

Part Carton ; q
Number Quantity Width | Height | Depth

(G'I‘D EZSO-EXT 25 225 | 325 | 150
us

(=
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EZ BOX® Residential Old Work Ceiling Boxes

EZ BOX® Round Old Work Residential Box

-
‘ “C" ‘
D l !
o
e
g
Q\}SSIF/‘.O
2 hour fire-rated .
e 18 Cubic Inch
Four wire clamps Part Carton wpn g “c “py “n e
3 EZ Mount retainers Number | Quantity
Not suitable for fixtures over 6 Ibs. or EZ18CO | 100 | 2680 | 5600 | 3250 | 3.500 | 2750 | 4.400
for ceiling fan installation. Dimensions are nominal
o
‘ nCu ‘
il !
B
e
7] |
2 hour fire-rated . .
aHRWE 18 Cubic Inch with Ground Lug
Part Carton - o o » » )
. HA HB “C “D HE tlF’l “G!
Four wire clamps Number | Quantity
3 EZ Mount retainers EZ18COG 100 2.680 | 5.600 | 3.250 | 3.500 | 2.750 | 4.400 | .500
2 houir fire rated Dimensions are nominal

Not suitable for fixtures over 6 Ibs. or
for ceiling fan installation.
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EZ Box® Residential Boxes Blank Covers

EZ BOX® Nonmetallic Electrical Blank Covers

oD

4” Round Blank Cover

e Part Carton oD’ | “THK

Number | Quantity
(GIDUS EZYKL 100 4.000" | .125”

Dimensions are nominal

2D

THK" H>”<~

033"

20.18"

4” Round Blank Cover with 1/2” Knockout

\WTERTE,

n Part Carton [« | « )
(GIDUS Number | Quantity G || Al

EZYL1 100 4.000 125
Dimensions are nominal

T T

1/4" ] -
an =O
o g
@]
I uAlr I
4”Two Gang Blank Cover
h Part Carton 6T S ww “y
(G[Dus Number | Quantity A 2 c C
EZXKL 100 | 4875 | 4875 | 3250 | 3500

Dimensions are nominal

(R
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EZ BOX® Residential Boxes

EZ BOX® Nonmetallic Electrical Plaster Ring

“pr

“g,

4” Round Plaster Ring

Part . Carton wpr e ww»

P Number Rise Quantity H = C
(GIDUS EZ03YC 1/2 100 4.000 | 3.000 .500
EZ04YC 5/8” 100 4.000 | 3.000 .625

Dimensions are nominal

EZ BOX® Nonmetallic Electrical Covers Riser

Single Gang Cover with Riser

EZ0O3SXA 12 100 3438 | 3.375 | 3.625 | 4.000 | 4.000

\“Ewm EZO4ES 5/8 50 3438 | 3375 | 3.625 | 4.000 | 4.000
(L | EDUS EZO5ES 3/4 50 3438 | 3.375 | 3.625 | 4.000 | 4.000
EZOBES 1 40 3438 | 3.375 | 3.625 | 4.000 | 4.000

EZOBES 1-1/4 30 3438 | 3375 | 3.625 | 4.000 | 4.000

Dimensions are nominal

I —
F——g—i

—iFi
Two Gang Cover Riser
Part ; Carton “pAn e «w “ry e e
: Number Rise Quantity K = C = E F
EZ06DXA 1/2 75 3313 | 3375 | 2750 | 3375 | 625 | .500
(GID EZ08ED 5/8 50 3375 | 3375 | 3360 | 3580 | 725 | 625
b EZ09ED 3/4 50 3375 | 3375 | 3360 | 3586 | .850 | .750

Dimensions are nominal
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CANTEX EZ BOX®
CROSS REFERENCE
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Installation Guidelines

Engineering & Design Information
Product Warranty
Authorized Distributor Policy
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Conduit Installation Guidelines

Scope: For the purpose of general use and installation information, conduit is defined as a PVC tube in
nominal sizes of 12” through 6”, to be used in non-pressure applications to provide containment of raceways for
electrical power wire and cable, communications wiring or fiber optic cables. Conduit products are not intended
for the transport of potable water, sewage or drain water, air or other gases or corrosive liquids.

1.0 Transportation, Handling and Storage
1.1 Transportation: CANTEX conduit should be transported in modules or bundles in a straight and
level position. When possible, larger diameter and heavy walled conduit should be loaded first on the
truck or trailer when multiple modules must be loaded. Each vertical stack of modules should be secured
with at least two nylon straps or slings at least 4” in width with only enough tightening pressure on the
straps to ensure a secure load. Chains and metal strapping should be avoided to secure conduit loads to
the transporting vehicle.
1.2 Handling: Conduit should be unloaded one module at a time with a fork lift or backhoe equipped with
forks. If unloaded using slings, two slings should be used and positioned so that the center of gravity of
the module is centered on the lifting equipment. Personnel on the ground around the unloading site
should be kept clear of the load to prevent injury in the event of an equipment failure or shifting of the load.
Do not push modules from the vehicle to the ground as damage to the conduit may result. Do not break
bundles on the vehicle and allow the conduit to fall to the ground as personal injury or product damage
may result.
1.3 Storage: Conduit should be stored in a straight and level position and stacks should not exceed
8 feet in height. Thin walled conduit or small modules of conduit should not be stacked over 6 feet in height.
For short-term storage (up to 6 months), the conduit need not be covered for sunlight damage protection.
For altitudes of 3-4,000 feet and longer term storage, coverage with an opaque tarp or UV resistant
sheeting should be considered to prevent fading or color changing from UV exposure. The storage site
should be as free as possible from dirt, dust or other airborne contaminants. The ends of the conduit
modules should not be covered in order to allow air passage and prevent heat buildup within the modules.
Internal module temperatures should not exceed 140°F. (60°C)

2.0 Installation

2.1 Preparation: The conduit should be clean and dry before installation is attempted. Dirt and dust or
other contaminants should be wiped clean from the bell and spigot joint areas. When possible, the
conduit temperature should be normalized to the ambient temperature or the expected service environment
temperature before installation in order to minimize expansion or contraction difficulties with the project.
2.2 Cutting: PVC conduit should be cut to length using a hacksaw, fine toothed saw or a rotating pipe
cutter. Rigid, smooth walled conduit up through 1” may be successfully cut with a shear type cutting tool.
Corrugated EZ FLEX® ENT, Opti-Flex fiber optic conduit and Enviro-Flex liquid tight flexible conduit may
also be cut with a knife of shear-type cutter. Larger pipe may require the use of a miter box to ensure
square cuts. All cuts should be clean and square with the barrel of the conduit. Cut ends should be
de-burred with a pocket knife or rasp with no burrs remaining on the O.D. and |.D. of the conduit. A slight
chamfering of the O.D. or I.D. cut end may be desirable to facilitate joining or to prevent cable damage and
to facilitate rope pulling through the conduit.

3.0 Solvent Cement Joints
CAUTION: ALL PVC CEMENTS ARE HIGHLY FLAMMABLE AND SHOULD BE
CONSIDERED AS HAZARDOUS MATERIALS. AVOID USING IN THE PRESENCE
OF OPEN FLAME, ELECTRICAL SPARKS, WELDING OR LIT SMOKING MATERIAL.
AVOID BREATHING CONCENTRATED FUMES AND PROVIDE ADEQUATE VENTILATION
IN CONFINED AREAS. READ AND FOLLOW ALL PRECAUTIONS ONTHE CEMENT
CONTAINER. MATERIAL SAFETY DATA SHEETS ARE AVAILABLE UPON REQUEST

FROM CANTEX INC. TELEPHONE (817) 215-7000 OR ON-LINE AT www.cantexinc.com



Conduit Installation Guidelines

3.1 Joint Requirements: There are two types of bell fits, interference fit or clearance fit, depending on
the specification of the conduit to be used. An “interference fit” means that the spigot will not dry fit to
the base of the bell and will lodge about two-thirds deep into the bell. A clearance fit means that the
spigot will slide all the way to the base of the bell without application of cement. Interference fits, there-
fore are tighter and provide watertight joints easily; clearance fits will leave small gaps between the
inside of the bell and the spigot and may require extra in jointing if watertight joints are required.

3.2 Solvent Cement: Select the proper type of cement to fit the job requirements. The cement
should meet the requirements of ASTM D 2564. Three types of cement are available, based on the viscosity,
regular bodied, medium bodied and heavy bodied. Regular bodied cement, such as CANTEX #99,
is suitable for most conduit applications up through 6” size.

For cement joints in corrugated ENT or corrugated fiber optic conduit, cement  such as
CANTEX #50 ENT cement should be used.

3.3 Solvent Cement Storage: Store sealed cement containers in temperature between 40°F (5°C)
to 70°F (31°C) when not in use. Before use, check to see that the cement is fluid and not lumpy or
gelled. If lumpy or gelled, discard the cement; do not attempt to liquefy or dilute with cement primer.
DO NOT USE OPEN FLAME OR ELECTRIC HEATERS TO WARM CEMENT.

3.4 Surface Preparation: Wipe joint surfaces clean of dirt, moisture or other contaminants. If the
joining surfaces are extremely dirty or coated with oil, wipe thoroughly and do not attempt to make a
cement application until all evidence of moisture is gone. Extremely hot jointing areas (90°F or above)
should be cooled by shading or application of a damp cloth. If a damp cloth is used, area should be
allowed to dry before applying cement. Hot surfaces dry the cement rapidly and can cause insufficient
welding if liquid cement is not evident on the surface when the bell and spigot are joined. Use of a
heavier, slower drying cement may be appropriate when it is impractical to cool the joints.

3.5 Application of Cement: For most conduit joints, a single application of cement on the spigot to
a length equal to the bell depth is sufficient. On conduit of 17 or smaller, use a dauber applicator which
is supplied in the lid of the cement container. On larger sizes, use a small natural bristle paint brush of
a width approximately one-half the diameter of the pipe. (Example: For 4” pipe, use a 2” wide brush.)
Apply the cement quickly and evenly around the spigot and insert into the bell or fitting while the
cement is still liquid.

3.6 Makeup: Insert the spigot fully into the bell and apply a one-quarter twist on the spigot section
as insertion is being made. Hold the joint firmly together for 10 to 20 seconds without movement. If
the spigot section backs out upon release, pull the joint apart and reapply another coat of cement and
reassemble and hold until the joint does not back out upon release. Cold weather applications may
require a longer holding time. A small bead of cement should appear around the lip of the bell if
adequate cement has been applied. Wipe off excess bead after the joint has set.

3.7 Set Time: Handle the newly assembled joints carefully until the cement has gone through an
adequate set time. Recommended set time is related to temperature of the joint follows:

30 minutes minimum at 60 to 100°F ((15 to 40°C)
1 hour minimum at 40 to 60°F (5 to 15°C)
2 hours minimum at 20 to 40°F (-5 to 5°C)
4 hours minimum at 0 to 20°F (-20 to -5C)

Note: Joint damage or loosening may occur up to 48 hours after assembly in temperatures below
40°F if the joints are severely stressed.
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4.0 Expansion and Contraction Considerations
Thermal expansion and contraction of the PVC conduit system must be considered in all projects.
PVC conduit expands or contracts at a rate of 3 x 10 -5 in./in./°F, or about 3/8” per 100 feet per 10°F
temperature change. The total change in length of the conduit run can be calculated by the following
equation:

(Eq.1) Length change, Lc=C (Conduit Length, inches) (AT)
Where: C=Coefficient of Expansion =3 x 10 -5 in./in./°F
AT = Temperature change, °F

Lc = (.00003 in./in./°F) (500 ft.)(12 in./ft.)(30°) = 5.4 inches

The most common effect of expansion is to create unsightly warpage or sagging in the conduit run
although larger conduit may create damage to the terminations. Contraction is usually more damaging
than expansion as it can create joint separation or pullouts at the termination. Design consideration must
be given to both conditions.

For underground installations, expansion or contraction can usually be accommodated by “snaking” the
conduit in the trench. It is desirable to allow the conduit run to normalize with the ground temperature
before backfilling or making end connections such as at a manhole. Once the pipe in a trench has
normalized and is backfilled, expansion and contraction is minimized due to the relatively constant earth
temperature and the friction of the soil on the conduit

In above ground installations, expansion/contraction can be accommodated by the use of change
of direction fittings or by expansion joints. The conduit should be secured by hangers or straps
which are tightened only to the point that slippage through the supports is possible. In long
straight runs where bending or change of direction cannot be allowed and where the conduit
ends must be securely terminated, expansion joints should be used (example: conduit suspend-
ed under a bridge). The number of expansion joints required can be calculated as follows:

1. Determine the total change in length, Lc, anticipated due to the maximum and minimum
temperatures to when the conduit run will be exposed.

2. Use the following equation to determine the number of expansion joints required:
Eq.2) N=Lc = Where: N = number of expansion joints required
EA EA = expansion allowance in each expansion joint

Install the expansion joints at equal intervals along the run. The movable section of the expansion joints
must be set at the time of installation according to the installation temperature such that both expansion
and contraction may be accommodated. Refer to the drawing shown below.

Solvent Expansion Joint Solvent
Weld Movable Piston \ Weld

C g
/ T /
Conduit Strap Conduit Strap

Anchored Tightly Loosely Mounted
on Expansion Joint Barrel to Allow Slippage

[9
[0
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5.0

The correct piston setting, Dp, can be determined for any installation temperature by using the
following equation:

(Eq. 3) Dp = ( (T max)/(+T)~(T installed)/2! )EA

Where: Dp = Distance of piston from fully closed position
T max = Maximum temperature, °F, to which the conduit will be exposed
T min = Minimum temperature, °F, to which the conduit will be exposed
+T=T max =T min

EA = Expansion allowance, in inches, for each expansion joint

Example: A 500 ft. run of conduit will be installed under a bridge and exposed to a direct sunlight
temperature of 140°F and winter temperature of 0°F.

a) Determine the total length change by Eq. 1:
Lc = (.000083)(500)(12)(140) = 25.2 inches

b) Using an expansion joint that allows 3 inches of travel each way (total piston
travel = 6 inches), determine the number of expansion joints required by Eq. 2:

N = 25.2max/3=(8.4 (Use 9 joints)

c) If the conduit was installed at 80°F, determine the piston setting, Dp by Eq. 3:
Dp=((140-80)/140)(3=1.28 inches)

The nine expansion joints should be installed 50 feet apart in the conduit run with each expansion
joint barrel tightened securely and rest of the hangers tightened loosely to allow slippage.

4.1 Expansion/Contraction in Concrete Encasement: When encased in concrete, PVC conduit
is immobilized by the concrete and will expand and contract at the expansion coefficient rate of
the concrete.

Support Spacing:

Supports for PVC conduit may be somewhat lighter than for metallic conduit due to its lighter weight.
The following support chart is based on the National Electric Code, Table 347-8, assuming a maxi-
mum air temperature of 122°F (50°C) and conductor temperature of 194°F (90°C).

Conduit Maximum Spacing
Size Between Supports
(Inches) (Feet)
1/2 thru 1 3
1-1/4 thru 2 5
2-1/2 thru 3 6
3-1/2 thru 5 7
6 thru 8 8

Latest NEC code and local codes are subject to change and should be consulted.
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6.0 Bending

One of the advantages of PVC conduit is the ability to easily make changes in direction by bending
with the use of mechanical benders. In underground or above ground installations, the conduit path
may be deviated to change directions or avoid obstacles. The following diagram and table offers a
guideline to a safe allowance for bending in one ten foot section conduit. Conduit bent to these maxi-
mum allowances will have a maximum fiber stress of 2000 psi which is a safe level for non-pressure
conduits. Bending beyond these values may result in buckling of the conduit. Force required for
bending varies with the size of the conduit and temperature. For bends shorter than the minimum
bending radius, Rb, it is recommended that factory made bends be used. These bends are available
in 11-1/4°, 22-1/2°, 30°, 45° and 90° increments and are available from stock in standard radii.
Special degree bends or special radii are available on request to CANTEX in most sizes.

‘ L=10Ft. i

BENDING ALLOWANCE PER 10’ LENGTH OF CONDUIT

R Rb, Ft. S

1/2 .840 9 33.0 61.4

3/4 1.050 11 26.0 51.1

1 1.315 14 21.0 41.9

1-1/4 1.660 17 16.5 33.7

1-1/2 1.900 20 14.5 29.7

2 2.375 25 11.6 23.9

2-1/2 2.875 30 9.6 19.9

3 3.500 36 7.9 16.4

3-1/2 4.000 42 6.9 14.3

*4 4.350 45 6.3 13.2

4 4.500 47 6.1 12.8

5 5.563 58 4.9 10.3

6 6.625 69 4.2 8.7

8 8.625 90 3.2 6.7

* Telephone Conduit

The radii of long curves using multiple joints of conduit should be limited to the values shown
in the table for minimum radii. The joints to be bent should be allowed to thoroughly set (See Sec. 3.7)
before bending and placement.
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7.0 Direct Burial

8.0

7.1 Trench Width: Trench width at the ground level may vary depending on soil types, equipment
used, position of surface structures, etc. Where compacting of the initial backfill is required, the
trench should be a minimum of 5 pipe diameters. In very wide trenches, sub-ditching should be
considered to provide maximum side support for the conduit. Shoring or trench boxes should be
used for workman protection in loose soil or very deep trenches.

7.2 Trench Bottom: The trench bottom should be constructed to provide a firm, stable and
uniform support for the conduit for the full lengths of the conduit. Unless specified, line and grade is not
required provided that the conduit will conform to the trench bottom and bending does not exceed the

values given in Sec. 3.7. Large rocks and boulders, frozen lumps of soil, large lumps of clay, etc.
should be removed before the conduit is installed. Rocky or uneven trench bottoms should be bedded

with loose backfill or sand to provide a soft, even cushion for the conduit.

7.3 Initial Backfill: Initial backfill should be dry and free flowing and contain rock not to exceed
1” in. diameter.  Initial backfill should be applied in light layers of 3” to 6” and spread uniformly.
Tamping should be done layer by layer of initial backfill up to the springline of the conduit. In
multiple conduit installations the initial backfill should be worked carefully between the ducts and under the
haunches. Tamping should be done between the edges of the ditch over the springline of the conduit, but no
tamping should be done over the top of the conduit. Initial backfill should be placed loosely over the

top of the conduit to a depth of 6”. All compaction by either tamping or flooding should be completed

before the final backfill if placed.

7.4 Final Backfill: After placement and compaction of conduit embedded materials, the balance of
backfill materials may be machine placed and should contain no large rocks or stones, frozen
material or other debris. Proper compaction procedures should be exercised to provide required soil
densities.

Concrete Encasement:

8.1 Tie and fasten all conduit to prevent floating. If concrete is required in the trench bottom, allow at

least 2” freeboard between conduit and tie down equipment.

8.2 Spacers, if used, should be spaced at the intervals shown below or less.

Conduit Size .
. Spacing
Size (Feet)
(Inches)
Y2 thru 2 4 thru 6
3thru3 %2 5 thru 8
4 thru 8 6 thru 10

A 1” minimum spacing should be allowed for all conduit and a concrete mix using pea gravel should be
used for encasement. If complete encasement is required at areas requiring bends in making freeway
or water crossings, use a 2” minimum spacing.

8.3 Coverage: Minimum concrete coverage should be 2” on top, bottom and sides of conduit. Firm
soil conditions may eliminate need for concrete at the trench bottom.

8.4 Backfilling: Backfilling can be done as soon as the concrete has cured to withstand the weight of
a man.

8.5 Temperature Considerations: The temperature rise of the concrete as it cures may cause some
expansion of the conduit. Concrete should be poured from the center of the run toward each free end
or from one tie-in point toward the free end of the conduit. Make permanent terminal tie-ins after the
temperature has normalized.
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Conduit Engineering and Design Data

Schedule 40 and Schedule 80 Conduit - Approximate Weight per 10 Feet (Lbs.)

Electrical Intermediate Riaid
Nom. Size CANTEX CANTEX Aluminum Metallic Metal Stgeel
(Inch) Sch. 40 Sch. 80 Tubing Conduit (GALV)
(EMT) (IMC)
1/2 16 21 27 30 57 79
3/4 22 28 36 78 78 105
1 32 41 53 112 112 153
1-1/4 44 57 70 114 114 201
1-1/2 52 69 86 176 176 246
2 77 105 116 230 230 334
2-1/2 122 160 183 270 393 527
3 159 215 239 350 483 690
3-1/2 191 288 400 561 831
4 227 311 340 -- 625 982
5 307 437 468 -- -- 1,344
6 400 600 612 -- -- 1,770
8 600 -- -- -- -- --
Thermal Properties Mechanical Properties
ASTM Typical ASTM Typical
Test Values Test Values
Coefficient of Thermal Expansion, Specific Gravity D 792 1.42 - 160
in./in/.°F @73.4°F D696 3.0X10-5
Tensile Strength, psi @ 73.4°F D 638 5 - 6,500
Heat Distortion °F at 264psi D696 172°F
Izod Impact Ft. Ibs./in. of notch D 256 65-1.5
B0 e iororiy D648 13 Flexural Strength, psi D 790 11,000
Water Absorption % by weight D570 1.03% max. Compressive Strength psi D 695 8,500
Hardness (Durometer D) D 2240 77 min
Electrical Properties
ASTM Typical
Test Values Impedance (Volts lost per ampere per 100 ft.)

. . . 3090% | 80% |1090% | 80%
Dielectric Strength Volts/Mil D 149 1,100 PE PE PE PE
Dielectric Constant
659582"@3%’1?; o D150 4.5 Steel Conduit 0118 | .0123 |.0136
gg"éegs': a@gtggoc D 150 1.9 PVC Conduit 0105 | .0106 |[.0121 [.0122
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Maximum Number of Conductors in Nonmetallic PVC Schedule 40 PVC Conduit

Table C.10 (Based on Table 1, Chapter 9 of the N.E.C.)

Conductor Size Conduit Trade Size
AWG, MCM 1/2” | 3/4” 17 | 1147 | 1-1/27 | 27 [ 21/27| 3 4 5” 6”
THW 5 9 16 28 38 63 90 139 240 378 546
14 THHN 11 21 34 60 82 135 193 299 517 815 1178
THW 4 8 12 22 30 50 72 112 193 304 439
12 THHN 8 15 25 43 59 99 141 218 377 594 859
THW 3 6 10 17 24 39 56 87 150 237 343
10 THHN 5 9 15 27 37 62 89 137 238 374 541
THW 1 3 6 10 14 23 33 52 90 142 205
8 THHN 3 5 9 16 21 36 51 79 137 216 312
THW 1 2 4 8 11 18 26 40 69 109 157
6 THHN 1 4 6 11 15 26 37 57 99 156 225
THW 1 1 3 6 8 13 19 30 51 81 117
4 THHN 1 2 4 7 9 16 22 35 61 96 138
THW 1 1 3 5 7 11 16 25 44 69 100
3 THHN 1 1 3 6 8 13 19 30 51 81 117
THW 1 1 2 4 6 10 14 22 37 59 85
2 THHN 1 1 3 5 7 1 16 25 43 68 98
THW 0 1 1 3 4 7 10 15 26 41 60
! THHN 1 1 1 3 5 8 12 18 32 50 73
THW 0 1 1 2 3 6 8 13 22 35 51
10 THHN 1 1 1 3 4 7 10 15 27 42 61
THW 0 1 1 1 3 5 7 11 19 30 43
2/0 THHN 0 1 1 2 3 6 8 13 22 35 51
THW 0 1 1 1 2 4 6 9 16 25 36
80 THHN 0 1 1 1 3 5 7 1 18 29 42
THW 0 0 1 1 1 3 5 8 13 21 30
40 THHN 0 1 1 1 2 4 6 9 15 24 35
THW 0 0 1 1 1 3 4 6 11 17 25
250 THHN 0 0 1 1 1 3 4 7 12 20 28
THW 0 0 1 1 1 2 3 5 9 15 21
300 THHN 0 0 1 1 1 3 4 6 11 17 24
THW 0 0 0 1 1 1 35 5 8 13 19
350 THHN 0 0 1 1 1 2 3 5 9 15 21
THW 0 0 0 1 1 1 3 4 7 12 17
400 THHN 0 0 0 1 1 1 3 5 8 13 19
THW 0 0 0 1 1 1 2 3 6 10 14
500 THHN 0 0 0 1 1 1 2 4 7 11 16
THW 0 0 0 0 1 1 1 3 5 8 11
600 THHN 0 0 0 1 1 1 1 3 5 9 13
THW 0 0 0 0 1 1 1 2 4 7 10
700 THHN 0 0 0 0 1 1 1 3 5 8 1
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Maximum Number of Conductors in Nonmetallic PVC Schedule 80 PVC Conduit
Table C.9 (Based on Table 1, Chapter 9 of the N.E.C.)

Conductor Size Conduit Trade Size
AWG, MCM 1/2” | 3/4” 17 | 1-1/47 | 1-1/27 | 27 | 2-1/2”| 3” 4” 5” 6”
THW 4 8 13 23 32 55 79 123 215 341 490
14 THHN 9 17 28 51 70 118 170 265 464 736 1055
THW 3 6 10 19 26 44 63 99 173 274 394
12 THHN 6 12 20 37 51 86 124 193 338 537 770
THW 2 5 8 15 20 34 49 77 135 214 307
10 THHN 4 7 13 23 32 54 78 122 213 338 485
THW 1 3 5 9 12 20 29 46 81 128 184
8 THHN 4 7 13 23 32 54 78 122 213 338 485
THW 1 1 3 7 9 16 22 35 62 98 141
6 THHN 1 3 5 9 13 22 32 51 89 141 202
THW 1 1 3 5 7 12 17 26 46 73 105
4 THHN 1 1 3 6 8 14 20 31 54 86 124
THW 1 1 2 4 6 10 14 22 39 63 90
8 THHN 1 1 3 5 7 12 17 26 46 73 105
THW 1 1 1 3 5 8 12 19 33 53 77
2 THHN 1 1 2 4 6 10 14 22 39 61 88
THW 0 1 1 2 3 6 8 13 23 37 54
! THHN 0 1 1 3 4 7 10 16 29 45 65
THW 0 1 1 1 3 5 7 11 20 32 46
10 THHN 0 1 1 2 3 6 9 14 24 38 55
THW 0 1 1 1 2 4 6 10 17 27 39
2/0 THHN 0 1 1 1 3 5 7 1 20 32 46
THW 0 0 1 1 1 3 5 8 14 23 33
80 THHN 0 1 1 1 2 4 6 9 17 26 38
THW 0 0 1 1 1 3 4 7 12 19 27
40 THHN 0 0 1 1 1 3 5 8 14 22 31
THW 0 0 0 1 1 2 3 5 9 15 22
250 THHN 0 0 1 1 1 3 4 6 11 18 25
THW 0 0 0 1 1 1 3 5 8 13 19
300 THHN 0 0 0 1 1 2 3 5 9 15 22
THW 0 0 0 1 1 1 2 4 7 12 17
350 THHN 0 0 0 1 1 1 3 5 8 13 19
400 THW 0 0 0 1 1 1 2 4 7 10 15
THHN 0 0 0 1 1 1 3 4 7 12 17
500 THW 0 0 0 1 1 1 1 3 5 9 13
THHN 0 0 0 1 1 1 2 3 6 10 14
600 THW 0 0 0 0 1 1 1 2 4 7 10
THHN 0 0 0 0 1 1 1 3 5 8 12
THW 0 0 0 0 1 1 1 2 4 6 9
700 THHN 0 0 0 0 1 1 1 2 4 7 10
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Maximum Conductors in Nonmetallic PVC Schedule 80 PVC Conduit
Table C.9 (Based on Table 1, Chapter 9 of the N.E.C.)

Conc.luctor Conduit Trade Size (Inches)
Type Size
Letters AWG’ 1/ ” 3/ ” 1” 1_1/ ” 1_1/ ” 2” 2_1/ ” 3” 3_1/ ” 4!! 5” 6”
kemil
14 9 17 28 51 70 | 118 170 | 265 358 | 464 736 | 1055
12 6 12 20 37 51 86 124 | 193 261 | 338 537 770
THWN
10 4 7 13 23 32 54 78 | 122 164 | 213 338 485
8 2 4 7 13 18 31 45 70 95 | 123 195 279
6 1 3 5 9 13 22 32 51 68 89 141 202
4 1 1 3 6 8 14 20 31 42 54 86 124
THHN
FEP 3 1 1 3 5 7 12 17 26 35 46 73 105
(14 through 8)
2 1 1 2 4 6 10 14 22 30 39 61 88
1 0 1 1 3 4 7 10 16 22 29 45 65
1/0 0 1 1 3 4 7 10 15 20 27 42 61
2/0 0 1 1 2 3 5 8 12 17 22 35 50
PFA
(14 through 4/0)
3/0 0 1 1 1 2 4 6 10 14 18 29 41
4/0 0 0 1 1 1 4 5 8 11 15 24 34
250 0 0 1 1 1 3 4 6 9 11 18 26
7 300 0 0 1 1 1 2 3 5 7 10 15 22
(14 through 4/0)
350 0 0 0 1 1 1 3 5 6 8 14 20
400 0 0 0 1 1 1 3 4 6 7 12 17
500 0 0 0 1 1 1 2 3 5 6 10 14
XHHW 600 0 0 0 0 1 1 1 3 4 5 8 11
(4 through 55
kemil) 700 0 0 0 0 1 1 1 2 3 4 7 10
750 0 0 0 0 1 1 1 2 3 4 6 9
6 1 2 4 8 11 19 28 43 59 76 121 173
600 0 0 0 0 1 1 1 3 4 5 8 11
XHHW
700 0 0 0 0 1 1 1 2 3 4 7 10
750 0 0 0 0 1 1 1 2 3 4 6 9

193



194

Schedule 40 and Schedule 80 Conduit

Conduit & Utility Duct Packaging Data

) 10’ Lengths 20’ Lengths
Insc:ﬁzs ':Be::‘gg Feet per Approx. Weight per Pack Feet per Approx Weight per Pack
Pack Sch. 40 Sch. 80 Pack Sch. 40 Sch. 80
1/2 100 6,000 1044 1314 12,000 2088 --
3/4 100 4,400 1016 1309 8,000 2032 --

1 100 3,600 1234 1579 7,200 2468 3155
1-1/4 0 3,300 1521 2007 6,600 2042 4010
1-1/2 0 2,250 1242 1660 4,500 2484 2855

2 - 1,400 1039 1426 2,800 2078 2892
2-1/2 - 930 1094 1448 1,860 2188 2892

3 -- 880 1448 1977 1,760 2896 3667
3-1/2 - 630 1248 1605 1,260 2496 -

4 -- 570 1337 1854 1,140 2674 3474

5 - 380 1208 1715 760 2416 3216

6 - 260 1075 1616 520 2150 3025

8 - 180 1076 -- 360 2152 --

EB & DB Utility Duct - 20’ Lengths
Size Feet per Feet per Approx. Weight per Pack
Inches Bundle Pack DB60 EB20 DB120 EB35

1 100 7,200 -- -- 1176 --

1-1/2 100 4,500 - -- 1142 --

2 -- 2,800 944 907 1079 --

3 -- 1,760 1464 862 1529 -

4 -- 1,140 1567 1056 1907 1171

5 -- 760 1579 1064 1919 1281

6 - 520 1560 1026 1833 1195

Telephone Conduit - 20’ Lengths
Spec Size Feet per Approx Weight per Pack
(Inch) Pack Type B Type C Type D
CAO 4 1,260 1272 2030 1885
Commercial 4 1,260 -- 1703 --




Truck Load Chart

Size Pieces Feet per

Product Inches per Pack Pack

1/2 600 3,000

3/4 440 4,400

360 3,600

330 3,300

225 2,250

Sch. 40 & Sch. 80 conduit 10’ lengths 140 1,400

(For 20’ lengths, double the 93 930
10’ pack value shown)

88 880

63 630

57 570

38 380

26 260

18 180

7,200

4,500

2,800

EB & DB Utility Duct

20’ lengths 1,760

1,140

760

520

3,600

EZ Flex® ENT

4,00
10’ Lengths

2,400

Telephone Conduit - CAO

20’ lengths 1,260

Telephone Conduit - Commercial
20’ lengths
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Limited Warranty

The Seller, CANTEX INC., warrants its PVC plastic pipe, conduit, fittings, accessories, residential
electrical boxes and solvents against defective workmanship and material for a period of one year
from date of applicable invoice. Seller’s liability hereunder, either for breach of warranty or for
negligence, is expressly limited, at Seller’s option, to:

A) Replacement at the agreed point of delivery, at no cost to the Purchaser, of any
product found by the Seller to be defective of found not to conform to the applicable industry
manufacturing standards, or

B) to refund or credit to the Purchaser of the purchase price of such products, provided the
Seller is notified immediately upon the discovery of any claimed defect and that representative
samples of the allegedly defective product are returned, transportation prepaid, to Seller,
F.O.B. shipping point, at Seller’s request. No claim under this Limited Warranty will be
considered until the product and representative samplings thereof have been examined by Seller.

The above warranty constitutes the entire liability of Seller. Seller shall not be liable for any incidental
consequential damages directly or indirectly arising or resulting from the sale, transportation, handling,
installation or use of the products sold, nor for product loss, re-installation or labor cost.

THIS WARRANTY IS EXPRESSLY IN LIEU OF ANY OTHER WARRANTIES,
EXPRESSED OR IMPLIED, INCLUDING ANY IMPLIED WARRANTY OF
MERCHANTABILITY OR FITNESS FOR ANY PARTICULAR PURPOSE, AND
OF ANY OTHER OBLIGATION OR LIABILITY ON THE PART OF THE SELLER.

Situations that void this Limited Warranty:
1. Excessive temperature combination during test of operation.
2. Use of the product under conditions for which the product was not designed

3. Failure to adhere to Seller’s General Instruction Sheets concerning the proper handling,
installation and testing of the product. General Instruction sheets are available on
request: Call 817-215-7000.

4. Use of non-suitable solvent cement. Suitable solvent cement shall be cement made in
accordance with ASTM D 2564 and of the proper grade (viscosity) for the size of pipe
being joined. CANTEX solvent cements meet these requirements.

940-325-3344 - 2101 NE Ist Street 330-995-3665m - 101 Gandy Road
: ANT=)( Mineral Wells, Texas 76067 Auburndale, Florida 33823
= .
817-215-7000 - 301 Commerce Ste. 2700 330-995-3665 - 11444 Chamberlain Rd. #1  928-681-3301 - 4045 Bonanza Drive
Fort Worth, Texas 76102 Aurora, Ohio 44202 Kingman, Arizona 86401




Authorized Distributor Policy

. BUYER’S ACCEPTANCE

No waiver, alteration or modification of these conditions will be binding unless in writing signed by an
authorized employee of CANTEX INC.

. PAYMENT TERMS

All prices are F.O.B. shipping point with freight costs being collect, prepaid or allowed and do not include
local, state or Federal taxes. Taxes are for the account of Buyer. Payment terms appear on the face of
Buyers invoice. All orders are subject to credit approval.

. DELINQUENCY FEEDS

If any invoice or part thereof is not paid within 30 days of date of invoice, CANTEX will impose as
Delinquency Fees a charge of one (1%) percent per month or the maximum applicable legal amount
upon any overdue amount to offset CANTEX’s anticipated damages including collection and accounting
costs. Buyer agrees that the law of the State of Buyer’s location will govern the construction and validity of
this Contract and all other legal aspects of this sale.

. CANCELLATION

Buyer may cancel prior to shipment subject to Delinquency Fees of the cost of labor, overhead and
materials used plus ten (10%) percent of the sales price. Special orders may not be canceled.

. RETURNS
No material may be returned for credit without the Seller’s written consent.

. SHIPMENT / DELIVERY

CANTEX will ship common carrier. Errors for breakage of product delivered by
common carrier are Buyer’s responsibility. Buyer is responsible for prompt unloading of trucks and/or
freight cars. If delivery of products is delayed by Buyer more than 60 days, Buyer will pay CANTEX
eighty (80%) percent of total cost of products.

. INSTALLATION

Supervision of installation not included unless specifically requested.  CANTEX will not
be responsible for any delay in performance due to acts of God, war, riots,
embargoes, acts of civil or military authorities, fires, floods, accidents, quarantine restrictions, supplier
conditions, strikes, differences with workmen, cessation of plant operations, delays in
transportation, nuclear incident, shortage of cars, fuel, labor or materials, or any cause beyond the
reasonable control of CANTEX.

. COMPLIANCE
CANTEX states its intentions to comply with all Federal laws applicable to CANTEX’s performance.

Terms and Conditions of Sale are available for download.
Click the link on our homepage.

www.cantexinc.com
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Authorized Distributor Policy

Returned Good Policy
1. Stock Inventory:

A) Permission for such return of good must first be obtained from CANTEX in writing. Such request must show
CANTEX invoice number, date, quantity of items and CANTEX part number.

B) Material to be returned must be new, unused, properly packaged and in resalable condition. No credit will be
issued for open or partially used packages.

C) Request for return must be processed within 6 months from the date of purchase.

D) The RGA (Returned Goods Authorization) will expire 30 days from date of issue. If the material is received after
that date, terms of the return must be renegotiated.

E) Material must be received at the location indicated on the RGA or it will become null and void.
F) Restocking charge is 25%.

G) The distributor will prepay freight cost to return the product and the outbound freight will be deducted from the credit
issued.

Our Philosophy

It is the intent of CANTEX Inc. to sell our PVC electrical conduit, accessory products and switch and outlet boxes
primarily through distributors. We believe the distributors play a necessary and vital role in our company and that it is to our
mutual advantage that CANTEX offers to its authorized distributors the most complete program possible.

CANTEX'’s objective is to select and establish recognized electrical distributors to thoroughly cover each geographical area
and each market segment that CANTEX serves.

Our goal is to be a significant and increasing profit contributor to each of our authorized CANTEX distributors.

In General

With the philosophy stated, CANTEX carries out the following steps to insure the competitiveness and full profitability of each
of our authorized distributors.

1. CANTEX is constantly adding to its line of electrical conduit and accessories.
2. Our products are manufactured to the highest quality standards and meet or exceed all applicable standards.
3. CANTEX offers the following benefits to its distributors:
A. The best delivery in the industry.
B. Referred business.
C. Assortment privileges in total product line for quantity discount.
D. Fair pricing.
E. We will drop-ship prepaid orders at no extra charge.
4. CANTEX aids the sales efforts of our authorized distributors in the following manner:
A. Sales leads derived from national advertising and trade shows.
B. Conducting sales meetings for our distributors.
C. Have an in-place factory direct sales/service staff to assist you in your sales effort.
D. Literature and samples for promotional purposes.
5. We expect an authorized CANTEX distributor to:
A. Maintain products in inventory.
B. Use best efforts and due diligence in the promotion and sale of CANTEX products.
C. Maintain their account on a current basis.

6. CANTEX reserves the right to quote special drop-shipments only through those distributors who maintain an
acceptable inventory of CANTEX products.
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301 Commerce Suite 2700
Fort Worth, Texas 76102
Ph: (817) 215-7000

Fax: (817) 215-7001






