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1

The passion of art. The beauty of light. The allure of élan.

At élan, we are inspired to design by the things around us – exquisite art,
natural light, simple forms and uncommon textures. Our goal is simple:
to create those essential pieces that elevate a space and everything in
it. With each style in our collection, we create modern sculptures that
define a room and your style, while bringing that all-important light to a
space. We do it so you can choose that one perfect piece that you’ve
been dreaming about – one that connects you and your home.

élan, A KICHLER COMPANY

83368 lexiko™ Semi-Flushmount/Pendant, see page 14.

http://elan-lighting.com/products/model-83368
http://elan-lighting.com/products/model-83368
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83385

83387
1-Light

83389
5-Light

83388
3-Light

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 7
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. L W H
Adjustable
Max. Ht.

83385 Linear Pendant Chrome Clear Etched Acrylic
LED

Warm White
61.2W 3200K Y --- 53.25 14.25 14.25 60.00

83386 Linear Pendant Chrome Clear Etched Acrylic
LED

Warm White
48.8W 3200K Y --- 43.25 11.00 11.00 60.00

83387 Pendant Chrome Clear Etched Acrylic
LED

Warm White
13W 3200K Y 7.75 --- --- 22.25 108.25

83388 3-Light Pendant Chrome Clear Etched Acrylic
LED

Warm White
38.9W 3200K Y 28.75 --- --- 22.25 108.25

83389 5-Light Pendant Chrome Clear Etched Acrylic
LED

Warm White
64.8W 3200K Y 21.75 --- --- 22.25 108.25

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83387
http://elan-lighting.com/products/model-83387
http://elan-lighting.com/products/model-83388
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meridian

TM

83394
5-Light
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83393
3-Light

83392
1-Light

83390

83391

meridian

TM

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 9

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. L W H
Adjustable
Max. Ht.

83390 Linear Pendant
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

61.2W 3200K Y --- 53.25 14.25 14.25 60.00

83391 Linear Pendant
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

48.8W 3200K Y --- 43.25 11.00 11.00 60.00

83392 Pendant
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

13W 3200K Y 7.75 --- --- 22.25 108.25

83393 3-Light Pendant
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

38.9W 3200K Y 28.75 --- --- 22.25 108.25

83394 5-Light Pendant
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

64.8W 3200K Y 21.75 --- --- 22.25 108.25

DIMMABLE
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83361
3-Light

83359

meridian

TM

83360
1-Light

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 11

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. L W H
Adjustable
Max. Ht.

83358 Linear Pendant White
Clear Etched 

Acrylic
LED

Warm White
61.2W 3200K Y --- 53.25 14.25 14.25 60.00

83359 Linear Pendant White
Clear Etched 

Acrylic
LED

Warm White
48.8W 3200K Y --- 43.25 11.00 11.00 60.00

83360 Pendant White
Clear Etched 

Acrylic
LED

Warm White
13W 3200K Y 7.75 --- --- 22.25 108.25

83361 3-Light Pendant White
Clear Etched 

Acrylic
LED

Warm White
38.9W 3200K Y 28.75 --- --- 22.25 108.25

83362 5-Light Pendant White
Clear Etched 

Acrylic
LED

Warm White
64.8W 3200K Y 21.75 --- --- 22.25 108.25

83362
5-Light

DIMMABLE
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83363

83364

Model Description Finish Diffuser
Light

Source Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83363 Mini Pendant Chrome
Clear Etched 

Acrylic
LED

Warm White
6W 3200K Y 5.75 2.25 5.75 91.25

83364 Pendant Chrome
Clear Etched 

Acrylic
(2) GU10 35W --- Y 9.75 3.25 9.75 92.25

83364 lamps included.

anello

DIMMABLE

www.elan-lighting.com12
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lavinia

83378
1-Light

83380
5-Light

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 13

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. H
Adjustable
Max. Ht.

83378 Mini Pendant Chrome
Bubble Crystal with 

Etched Acrylic
LED

Warm White
6W 3200K Y 3.50 5.50 92.50

83380
5-Light Mini 

Pendant Cluster
Chrome

Bubble Crystal with 
Etched Acrylic

LED
Warm White

20.4W 3200K Y 12.25 5.50 92.50
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83368

with included kit

can be

installed as 

semi-flush

or

hanging 

pendant

lexiko

TM

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. W H
Adjustable
Max. Ht.

83368
Semi-

flushmount
Chrome

Frosted White 
Glass

LED
Warm White

28.8W 3200K Y 24.25 --- 12.50
12.80-
54.00

DIMMABLE

www.elan-lighting.com14
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can be

adjusted 

multiple 

ways

DIMMABLE

83332

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 15

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. W H
Adjustable
Max. Ht.

83332 Chandelier Chrome
Clear Etched 

Acrylic
LED

Warm White
32W 3200K Y 24.75 --- --- 29.9-56.7

Rod height is adjustable 24” to 48”. 

cykel

TM
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83316

83317

83319

83320

DIMMABLE
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zuy

TM

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83316 Mini Pendant Black
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 6.00 1.25 6.00 91.25

83317 Mini Pendant White
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 6.00 1.25 6.00 91.25

83319 Pendant Black
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 9.75 2.00 9.75 95.25

83320 Pendant White
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 9.75 2.00 9.75 95.25

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83320
http://elan-lighting.com/products/model-83320
http://elan-lighting.com/products/model-83319
http://elan-lighting.com/products/model-83317
http://elan-lighting.com/products/model-83316
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83310 83311 83312

83313 83314 83315

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 17

minn

TM

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83310 Mini Pendant Chrome/Black
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 6.00 3.25 5.75 91.25

83311 Mini Pendant Chrome/White
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 6.00 3.25 5.75 91.25

83312 Mini Pendant
Chrome/Metallic

Gray
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 6.00 3.25 5.75 91.25

83313 Pendant Chrome/Black
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 9.75 4.75 9.5 95.25

83314 Pendant Chrome/White
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 9.75 4.75 9.5 95.25

83315 Pendant
Chrome/Metallic

Gray
Clear Etched

Acrylic
LED  Warm White 3W 3200K Y 9.75 4.75 9.5 95.25

C
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83327

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable Dia. H
Adjustable
Max. Ht.

83327 Chandelier Chrome
Clear Etched 

Acrylic
LED

Warm White
44.4W 3200K Y 24.75 19.75 24-48.625

cellulare

TM

DIMMABLE

www.elan-lighting.com18
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83322

83323

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 19

valdai

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable Dia. H
Adjustable
Max. Ht.

83322 Pendant
Brushed
Nickel

Clear Etched 
Acrylic w/

White Backing

LED
Warm White

16.8W 3200K Y 18.00 9.25 94.75

83323 Pendant
Brushed
Nickel

Clear Etched 
Acrylic w/

White Backing

LED
Warm White

9.6W 3200K Y 12.00 5.50 91.00
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83381
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83381

83384

heads

are

adjustable

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 21

landon

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L W H

83381 Fixed Rail Chrome
Clear Etched 

Acrylic
LED

Warm White
19.2W 3000K 1200 Y 32.75 5.50 6.75

83384 Fixed Rail Chrome
Clear Etched 

Acrylic
LED

Warm White
14.4W 3000K 900 Y 25.50 3.25 5.00

Heads swivel left to right and up and down.

velse

TM

DIMMABLE
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83382
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83383

83382

DIMMABLE

heads

are

adjustable

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 23

sevier

TM

andlos

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L W H

83382 Fixed Rail
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

19.2W 3000K 1200 Y 32.00 4.00 7.75

83383 Fixed Rail
Brushed
Nickel

Clear Etched 
Acrylic

LED
Warm White

19.2W 3000K 1200 Y 32.00 4.50 6.50

Heads swivel left to right and up and down.
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kotton

83279
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83280

ADA compliant

83357

DIMMABLE

can also

be hung 

as a wall 

mount

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 25

Model Description Finish
Shade/
Glass Diffuser

LED
Wattage LED K Lumens Dimmable Dia. L W Ext. H

Adjustable
Max. Ht.

83279
49-Light

Chandelier
Chrome

Frosted
White Glass

LED
Warm White

58.8W 3200K 2641 Y 23.50 --- --- --- 23.50 54.00

83280 Sconce Chrome
Frosted

White Glass
LED

Warm White
3.6W 3200K 227.5 Y --- 10.00 --- 3.75 14.25 ---

83357
Flushmount/
Wall mount

Chrome
Frosted

White Glass
LED

Warm White
15.6W 3200K --- Y --- 25.50 16.50 --- 6.50 ---

Chandelier height is adjustable. Sconce is ADA compliant.

kotton
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crushed ice

TM

83338
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83338

crushed ice

TM

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 27

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83338 Chandelier Chrome
Clear Glass w/ 

Crystals
LED

Warm White
57.6W 3200K Y 24.5 17.75 --- 87.25

DIMMABLE
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crushed ice

TM
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Center square pivots independently, 

allowing you to direct light where you 

want it and create a unique look for 

your space. 

Crystals show 
through top and 
bottom of frame

crushed ice

TM

now available in warm white
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W H
Adjustable
Max. Ht.

83412 Pendant Chrome
Clear Glass w/ 

Crystals
LED

Cool White
96W 3800K 3850 Y 27.50 27.50 1.25 54.00

83432 Pendant Chrome
Clear Glass w/ 

Crystals
LED

Warm White
96W 3200K 3850 Y 27.50 27.50 1.25 54.00

83412/83432

DIMMABLE
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83415/83435

Crystals show 
through top 
and bottom

of frame

1 LED in 

canopy

www.elan-lighting.com30
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83414/83434

ADA compliant

83413/83433

ADA compliant

Crystals are 
in front and 

back of frame. 
Reflective

chrome canopy.

now available in warm white
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L Ext. H
Adjustable
Max. Ht.

83413 Sconce Chrome
Clear Glass w/ 

Crystals
LED

Cool White
18W 3800K 817 Y --- 6.50 3.75 12.00 ---

83433 Sconce Chrome
Clear Glass w/ 

Crystals
LED

Warm White
18W 3200K 817 Y --- 6.50 3.75 12.00 ---

83414 Sconce Chrome
Clear Glass w/ 

Crystals
LED

Cool White
15W 3800K 905 Y --- 9.75 3.75 9.75 ---

83434 Sconce Chrome
Clear Glass w/ 

Crystals
LED

Warm White
15W 3200K 905 Y --- 9.75 3.75 9.75 ---

83415 Pendant Chrome
Clear Glass w/ 

Crystals
LED

Cool White
43.8W 3800K --- Y 24.00 --- --- 1.25 54.00

83435 Pendant Chrome
Clear Glass w/ 

Crystals
LED

Warm White
43.8W 3200K --- Y 24.00 --- --- 1.25 54.00

Sconces are ADA compliant. 

crushed ice

TM
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83411/83431

83410/83430

Lit crystal 
reflection in 

chrome canopy
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83416/83436

now available in warm white

Lit crystal 
reflection in 

chrome canopy
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W H

83410 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Cool White
36W 3800K 1419 Y --- 19.75 19.75 7.25

83430 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Warm White
36W 3200K 1419 Y --- 19.75 19.75 7.25

83411 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Cool White
22.8W 3800K 992 Y --- 13.75 13.75 6.25

83431 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Warm White
22.8W 3200K 992 Y --- 13.75 13.75 6.25

83416 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Cool White
28.8W 3800K 1264 Y 19.75 --- --- 9.00

83436 Flushmount Chrome
Clear Glass w/ Crystals And 

Hanging Crystal Accents
LED

Warm White
28.8W 3200K 1264 Y 19.75 --- --- 9.00
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DIMMABLE
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neruda

TM
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83400/83420
1-Light

83401/83421
3-Light

now available in warm white

DIMMABLE

Clear crystals 
inside of 

square cut 
crystal

neruda

TM

83339

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W H
Adjustable
Max. Ht.

 83339 Pendant Chrome
Clear Crystal w/ 
Crystal Beads

LED
Warm White

10.8W 3200K --- Y 2.25 --- --- 18.00 106.25

83400 Mini Pendant Chrome
Clear Crystal w/ 
Crystal Beads

LED
Cool White

5.4W 3800K 452.9 Y 2.25 --- --- 6.25 92.25

83420 Mini Pendant Chrome
Clear Crystal w/ 
Crystal Beads

LED
Warm White

5.4W 3200K 452.9 Y 2.25 --- --- 6.25 92.25

83401
3-Light Mini 

Pendant Linear
Chrome

Clear Crystal w/ 
Crystal Beads

LED
Cool White

16.2W 3800K 948.5 Y --- 22.25 2.25 6.25 63.00

83421
3-Light Mini 

Pendant Linear
Chrome

Clear Crystal w/ 
Crystal Beads

LED
Warm White

 16.2W 3200K 948.5 Y --- 22.25 2.25 6.25 63.00
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83403/83423
5-Light

83404/83424
10-Light

www.elan-lighting.com36

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83403
http://elan-lighting.com/products/model-83423
http://elan-lighting.com/products/model-83423
http://elan-lighting.com/products/model-83404
http://elan-lighting.com/products/model-83404
http://elan-lighting.com/products/model-83424
http://elan-lighting.com/products/model-83424


2 LEDs in 

canopy

now available in warm white

DIMMABLE
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neruda

TM

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W H
Adjustable
Max. Ht.

83402
8+2-Light Mini 
Pendant Linear

Chrome
Clear Crystal w/ 
Crystal Beads

LED
Cool White

49W 3800K 2330 Y --- 26.00 8.75 6.25 63.00

83422
8+2-Light Mini 
Pendant Linear

Chrome
Clear Crystal w/ 
Crystal Beads

LED
Warm 
White

49W 3200K 2330 Y --- 26.00 8.75 6.25 63.00

83403
5-Light Spiral Mini 

Pendant Cluster
Chrome

Clear Crystal w/ 
Crystal Beads

LED
Cool White

27W 3800K 1502 Y 12.00 --- --- 6.25 108.00

83423
5-Light Spiral Mini 

Pendant Cluster
Chrome

Clear Crystal w/ 
Crystal Gems

LED
Warm 
White

27W 3200K 1502 Y 12.00 --- --- 6.25 108.00

83404
10-Light Spiral 
Mini Pendant 

Cluster
Chrome

Clear Crystal w/ 
Crystal Beads

LED
Cool White

54W 3800K 2647 Y 19.75 --- --- 6.25 117.00

83424
10-Light Spiral 
Mini Pendant 

Cluster
Chrome

Clear Crystal w/ 
Crystal Gems

LED
Warm 
White

54W 3200K 2647 Y 19.75 --- --- 6.25 117.00

83402/83422
8+2-Light

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83402
http://elan-lighting.com/products/model-83402
http://elan-lighting.com/products/model-83422
http://elan-lighting.com/products/model-83422
http://elan-lighting.com/products/model-83402
http://elan-lighting.com/products/model-83402
http://elan-lighting.com/products/model-83422
http://elan-lighting.com/products/model-83422
http://elan-lighting.com/products/model-83403
http://elan-lighting.com/products/model-83423
http://elan-lighting.com/products/model-83404
http://elan-lighting.com/products/model-83424


Inside frame pivots

83451

83372

www.elan-lighting.com38
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Pivot center 
panel to 
desired 
position

83449

4 LEDs in 

canopy

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W Ext. H
Adjustable
Max. Ht.

83449 Chandelier Chrome
Clear Etched Acrylic 
Inside with Hanging 

Crystal Accents

LED
Cool

White
36.5W 3800K 2128 Y 22.75 15.00 --- ---

30, 42, or 
54 *

83451 Sconce Chrome
Clear Etched Acrylic 
Inside with Hanging 

Crystal Accents

LED
Cool

White
8.6W 3800K 766 Y 7.00 ---

4.00 - 
6.25

9.00 ---

83372 Vanity Chrome
Clear Etched Acrylic 
Inside with Hanging 

Crystal Accents

LED
Cool

White
22W 3800K --- Y 22.75 ---

4.30-
6.125

9.00 ---

* Fixture height is adjustable; Supplied with 30”, 42” and 54” crystal accent hanging heights.

maze

TM
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maze

TM

83450
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Pivot panels 
to desired 
position

83450

maze

TM

4 LEDs in 

canopy

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W
Adjustable
Max. Ht.

83450 Chandelier Chrome
Clear Etched Acrylic 
Inside with Hanging 

Crystal Accents

LED
Cool White

55.2W 3800K 2607 Y 28.25 18.50
30, 42, or 

54 *

*Fixture height is adjustable; Supplied with 30”, 42” and 54” crystal accent hanging heights.
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icekubez

TM

83268/83288
7-Light
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83269/83289
20-Light

83333
1-Light

DIMMABLE
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icekubez

TM

Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Max.
Ht.

Adjustable
Max. Ht.

83268
7-Light Mini Pendant 

Cluster
Chrome Clear Crackle Glass (7) 25W (G9) Y 18.50 --- --- 6.50 44.00 ---

83288
7-Light Mini Pendant 

Cluster
Chrome Clear Crackle Glass (7) 25W (G9) Y 18.50 --- --- 6.50 32.00 ---

83269
20-Light Mini 

Pendant Cluster
Chrome Clear Crackle Glass (20) 25W (G9) Y 29.00 --- --- 6.50 44.00 ---

83289
20-Light Mini 

Pendant Cluster
Chrome Clear Crackle Glass (20) 25W (G9) Y 29.00 --- --- 6.50 32.00 ---

83333 Mini Pendant Chrome Clear Crackle Glass (1) 40W (G9) Y --- 5.50 6.75 6.75 --- 91.75

Lamps included.
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83336

83335

83334

DIMMABLE

www.elan-lighting.com44

Model Description Finish Diffuser Light Source Dimmable L Ext. H

83336 Sconce Chrome Clear Crackle Glass (1) 40W (G9) Y 5.25 7.25 5.75

83335 4-Light Vanity Chrome Clear Crackle Glass (4) 40W (G9) Y 24.50 7.25 5.75

83334 6-Light Vanity Chrome Clear Crackle Glass (6) 40W (G9) Y 36.25 7.25 5.75

Lamps included.

icekubez

TM
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DIMMABLEDIMMABLE

83070

83071

83069

krysalis

T M

Inside filigree, 
metal dragonfly 

wing style

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L Ext. H

83069 Sconce Chrome Clear Glass w/ Inner White Metal Filigree (1) 60W (E26) Y 4.75 5.25 9.50

83070 Vanity Chrome Clear Glass w/ Inner White Metal Filigree (3) 60W (E26) Y 19.75 5.25 9.50

83071 Vanity Chrome Clear Glass w/ Inner White Metal Filigree (4) 60W (E26) Y 27.00 5.25 9.50
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83068
7-Light

83067
5-Light
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83066
3-Light

83065
1-Light

krysalis

T M
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Model Description Finish Diffuser Light Source Dimmable Dia. H
Adjustable
Max. Ht.

83065 Mini Pendant Chrome Clear Glass w/ Inner White Metal Filigree (1) 60W (E26) Y 3.25 11.75 97.00

83066
3-Light Mini 

Pendant Cluster
Chrome Clear Glass w/ Inner White Metal Filigree (3) 60W (E26) Y 11.00 11.75 118.00

83067
5-Light Spiral Mini 

Pendant Cluster
Chrome Clear Glass w/ Inner White Metal Filigree (5) 60W (E26) Y 15.25 11.75 118.00

83068
7-Light Spiral Mini 

Pendant Cluster
Chrome Clear Glass w/ Inner White Metal Filigree (7) 60W (E26) Y 14.25 11.75 118.00

DIMMABLE
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Inside filigree, 
metal dragonfly 

wing style

http://www.elan-lighting.com
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83454

83455

83261
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83452

83453

83260

LEDs hidden 
under lip to create 
a glow without 
seeing them from 
underneath

DIMMABLE
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83452 Pendant Sand Textured White ---
LED

Cool White
28W 3800K 920.2 Y 17.75 2.25 54.00

83453 Pendant Sand Textured Black ---
LED

Cool White
28W 3800K 920.2 Y 17.75 2.25 54.00

83454 Pendant Sand Textured White ---
LED

Cool White
38W 3800K 1220 Y 23.50 2.75 54.00

83455 Pendant Sand Textured Black ---
LED

Cool White
38W 3800K 1220 Y 23.50 2.75 54.00

83260 Pendant Brushed Nickel ---
LED

Cool White
28W 3800K 920.2 Y 17.75 2.25 54.00

83261 Pendant Brushed Nickel ---
LED

Cool White
38W 3800K 1220 Y 23.50 2.75 54.00
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83199

83200

83262

83263
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83273

ADA compliant

83272

ADA compliant

83274

ADA compliant

83271

ADA compliant

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W Ext. H
Adjustable
Max. Ht.

83199 Pendant
Sand

Textured 
White

---
LED

Cool White
90W 3800K 1483 N 31.50 --- --- --- 3.00 54.00

83200 Pendant
Sand

Textured 
Black

---
LED

Cool White
90W 3800K 1483 N 31.50 --- --- --- 3.00 54.00

83262
Semi-

flushmount
Brushed
Nickel

---
LED

Cool White
36W 3800K 941.3 Y --- 21.75 13.75 --- 8.00 ---

83263
Semi-

flushmount

Sand
Textured 

White
---

LED
Cool White

36W 3800K 941.3 Y --- 21.75 13.75 --- 8.00 ---

83271 Sconce White
 Etched 
Glass

LED
Cool White

8.6W 3800K 375.3 Y --- 9.50 --- 3.75 9.50 ---

83272 Sconce
Brushed

Aluminum
 Etched 
Glass

LED
Cool White

8.6W 3800K 375.3 Y --- 9.50 --- 3.75 9.50 ---

83273 Sconce Red
 Etched 
Glass

LED
Cool White

8.6W 3800K 375.3 Y --- 9.50 --- 3.75 9.50 ---

83274 Sconce  Black
 Etched 
Glass

LED
Cool White

8.6W 3800K 375.3 Y --- 9.50 --- 3.75 9.50 ---

Height is adjustable on pendants. Pendants are not dimmable. Sconces above are all ADA compliant. 
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83252
Red Cloth-Covered Cord

83253
Black Cloth-Covered Cord

83259

83258

DIMMABLE
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Model Description Finish Diffuser
Light Source

Dimmable Dia. L Ext. H
Adjustable
Max. Ht.

83252
1-Light Mini 

Pendant
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (1) 25W (G9) Y 3.50 --- --- 5.00 84.00

83253
1-Light Mini 

Pendant
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (1) 25W (G9) Y 3.50 --- --- 5.00 84.00

83258
9-Light

Semi-Flusmount
Chrome Clear Blown Glass (9) 25W (G9) Y 21.75 --- --- 8.75 ---

83259 3-Light Sconce Chrome Clear Blown Glass (3) 25W (G9) Y --- 11.75 4.75 18.50 ---

Height is adjustable on mini pendants. Lamps included.

C
O

L
L

E
C

T
IO

N
S

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83258
http://elan-lighting.com/products/model-83258
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83258
http://elan-lighting.com/products/model-83258
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83259


83224
32 inch height

83250
44 inch height

83225
32 inch height

83251
44 inch height
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83254
32 inch height

83256
44 inch height

83255
32 inch height

83257
44 inch height

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable Dia. H Ht.

83224 19-Light Mini Pendant Cluster
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (19) 25W (G9) Y 17.75 5.00 32.00

83225 19-Light Mini Pendant Cluster
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (19) 25W (G9) Y 17.75 5.00 32.00

83250 19-Light Mini Pendant Cluster
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (19) 25W (G9) Y 17.75 5.00 44.00

83251 19-Light Mini Pendant Cluster
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (19) 25W (G9) Y 17.75 5.00 44.00

83254 7-Light Mini Pendant Cluster
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (7) 25W (G9) Y 10.75 5.00 32.00

83255 7-Light Mini Pendant Cluster
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (7) 25W (G9) Y 10.75 5.00 32.00

83256 7-Light Mini Pendant Cluster
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (7) 25W (G9) Y 10.75 5.00 44.00

83257 7-Light Mini Pendant Cluster
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (7) 25W (G9) Y 10.75 5.00 44.00

Lamps included. Fixture heights are fixed.
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83005
5-Light

83006
9-Light
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83003
6-Light

83001
1-Light

Bubble
crystal

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 57

Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83001 Mini Pendant Chrome Optical Crystal w/ Bubbles (1) 40W (G9) Y --- 1.75 1.75 9.25 94.25

83003
6-Light Mini 

Pendant Linear
Chrome Optical Crystal w/Bubbles (6) 40W (G9) Y --- 20.00 9.50 9.25 65.75

83005
5-Light Spiral Mini 

Pendant Cluster
Chrome Optical Crystal w/Bubbles (5) 40W (G9) Y 11.75 --- --- 9.25 108.00

83006
9-Light Spiral Mini 

Pendant Cluster
Chrome Optical Crystal w/Bubbles (9) 40W (G9) Y 18.50 --- --- 9.25 112.75

Lamps included.
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83409/83429
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83409/83429

Rings pivot 
horizontally

now available in warm white

3 LEDs in 

canopy

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 59

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W H
Adjustable
Max. Ht.

83409 Pendant Chrome
Clear Etched 

Acrylic
LED

Cool White
54.4W 3800K 2451 Y 28.00 20.25 30.50 138.50

83429 Pendant Chrome
Clear Etched 

Acrylic
LED

Warm White
54.4W 3200K 2451 Y 28.00 20.25 30.50 138.50

sirkus

TM

now available in warm white
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Rings are 
lit on the 
inside

83408/83428

83030 3-Ring Pendant shown on opposite page.

83408/83428

3 LEDs in 

canopy

Rings pivot 
horizontally
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83407/83427
Semi-Flushmount

now available in warm white

DIMMABLE

Rings pivot 
horizontally

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 61

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W H
Adjustable
Max. Ht.

83407 Semi-Flushmount Chrome
Clear Etched 

Acrylic
LED

Cool White
15.1W  3800K 927 Y 22.75 17.75 15.75 ---

83427 Semi-Flushmount Chrome
Clear Etched 

Acrylic
LED

Warm White
15.1W 3200K 927 Y 22.75 17.75 15.75 ---

83408 Pendant Chrome
Clear Etched 

Acrylic
LED

Cool White
31.7W 3800K 1600 Y 24.00 18.75 17.50 71.25

83428 Pendant Chrome
Clear Etched 

Acrylic
LED

Warm White
31.7W 3200K 1600 Y 24.00 18.75 17.50 71.25

83408/83428 height is adjustable.
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allos

T M

83406/83426
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83405/83425

3 LEDs in 

canopy

83406/83426

allos

T M

now available in warm white

DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 63

Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable Dia.
Adjustable
Max. Ht.

83405 Chandelier Matte White
Faceted Square 

K9 Crystal
LED

Cool White
95.4W 3800K 2418 Y 35.50 54.00

83425 Chandelier Matte White
Faceted Square 

K9 Crystal
LED

Warm White
95.4W 3200K 2418 Y 35.50 54.00

83406 Chandelier Matte White
Faceted Square 

K9 Crystal
LED

Cool White
67W 3800K 2349 Y 25.50 54.00

83426 Chandelier Matte White
Faceted Square 

K9 Crystal
LED

Warm White
67W 3200K 2349 Y 25.50 54.00
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83063
Shown in “x” 
configuration

83063
Shown in linear 
configuration

Lit rails configure 
to different heights 
to create your own 
unique design. Photo 
shown below is the 
same fixture.
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83064

83064

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 65

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L Dia. W H
Adjustable
Max. Ht.

83063 Pendant
Chrome

and Satin
Aluminium

Clear Crystal
Lens

LED
Cool White

38.4W 3800K 1396 N 27.50 --- 28.25 1.50 54.00

83064 Pendant
Chrome

and Satin
Aluminium

Clear Crystal
Lens

LED
Cool White

28.8W 3800K 1164 N --- 30.75 --- --- 54.00

railways
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83448

83448

Adjustable
counterweight
allows variable
fixture height
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83446

Adjustable
counterweight
allows variable
fixture height

83447

Adjustable
counterweight
allows variable
fixture height

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 67

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W H
Adjustable
Max. Ht.

83446
Linear

Pendant
White w/ Chrome  Acrylic

LED
Cool White

19.8W 3800K 1042 Y 40.25 2.00 4.00 63.00

83447
Linear

Pendant
Black w/ Chrome  Acrylic

LED
Cool White

19.8W 3800K 1042 Y 40.25 2.00 4.00 63.00

83448
Linear

Pendant
Silver w/ Chrome  Acrylic

LED
Cool White

19.8W 3800K 1042 Y 40.25 2.00 4.00 63.00

NOTE – canopy size and/or shape may change to accomodate dimmable driver.
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83355

linule

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83355
Linear

Pendant
Brushed
Nickel

Clear Etched
Acrylic

LED
Warm White

12W 3200K Y 41.00 1.25 1.00 86.50

DIMMABLE
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Adjustable
counterweight
allows variable 
fixture height

83079 Pendant shown on opposite page.

83445

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W H
Adjustable
Max. Ht.

83445
Linear

Pendant
Chrome

Clear and 
Etched Glass

LED
Cool White

18W 3800K 1020 Y 39.25 4.00 --- 63.00

NOTE – canopy size and/or shape may change to accomodate dimmable driver.
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83443

83444

3 LEDs in 

canopy

2 LEDs in 

canopy

ramay

TM

DIMMABLE
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L H
Adjustable
Max. Ht.

83443
Linear

Pendant
Chrome

Clear Etched 
Acrylic WIth 
Clear Edge

LED
Cool White

30.6W 3800K 1085 Y 39.50 6.75 63.00

83444
Linear

Pendant
Chrome

 Clear Etched 
Acrylic WIth 
Clear Edge

LED
Cool White

20.4W 3800K 996 Y 31.00 6.50 63.00
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83050 Pendant shown on opposite page.

83440

83442

83441

ithican

TM

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83440 Pendant Chrome
 Clear Acrylic 
Etched Inside

LED
Cool White

9W 3800K --- Y 11.75 1.50 54.00

83441
Semi-

Flushmount
Chrome

 Clear Acrylic 
Etched Inside

LED
Cool White

27W 3800K 1516 Y 26.00 9.50 ---

83442 Pendant Chrome
 Clear Acrylic 
Etched Inside

LED
Cool White

28W 3800K 1463 Y 23.00 1.75 54.00
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83283

83286

DIMMABLE
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83283
16-Arm Chandelier 

with Downlight
Chrome

Clear Etched 
Acrylic

LED
Warm White

51W 3200K 647.6 Y 26.50 20.75 54.00

83286 8-Arm Chandelier Chrome
Clear Etched 

Acrylic
LED

Warm White
24W 3200K 306.5 Y 11.50 17.25 54.00

phlair
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83278

Adjustable
height and

angle

DIMMABLE
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable
Adjustable

L W
Adjustable
Max. Ht.

83278
Adjustable Linear
Semi-Flushmount

Chrome White Acrylic
LED

Warm White
38.9W 3200K 796.7 Y

36.00 to
56.25

11.00
4.75 to
15.00

Height and length are adjustable.
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83134
7-Light

83132
5-Light
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83133
8+3-Light

3 GU10 in 

canopy

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83132
5-Light Mini 

Pendant Linear
Chrome Clear K9 Crystal (5) 20W (G4) Y --- 35.75 4.25 8.75 54.00

83133
8+3-Light Mini 
Pendant Linear

Chrome Clear K9 Crystal
(8) 20W (G4) + 
(3) 35W (GU10)

Y --- 39.25 15.00 8.75 54.00

83134
7-Light Spiral Mini 

Pendant Clsuter
Chrome Clear K9 Crystal (7) 20W (G4)

Y
17.75 --- --- 8.75 66.75

Lamps included.
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83129
Flushmount

83130
1-Light

83131
3-Light
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83137

83136

83135

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable Dia. L W Ext. H
Adjustable
Max. Ht.

83129 Flushmount Chrome Clear K9 Crystal (5) 20W (G4) Y --- 14.25 14.25 --- 10.00 ---

83130 Mini Pendant Chrome Clear K9 Crystal (1) 20W (G4) Y 4.25 --- --- --- 8.75 95.00

83131 3-Light Mini Pendant Linear Chrome Clear K9 Crystal (3) 20W (G4) Y --- 27.50 4.25 --- 8.75 54.00

83135 Sconce Chrome Clear K9 Crystal (1) 20W (G4) Y --- 6.00 --- 7.00 9.25 ---

83136 Vanity Chrome Clear K9 Crystal (3) 20W (G4) Y --- 17.75 --- 7.00 9.25 ---

83137 Vanity Chrome Clear K9 Crystal (5) 20W (G4) Y --- 32.00 --- 7.00 9.25 ---

83130 height is adjustable. All lamps included.
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83164
9-Light

83162
1-Light

www.elan-lighting.com78

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83164
http://elan-lighting.com/products/model-83164


83163
3-Light

DIMMABLE
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Model Description Finish Diffuser
Light

Source DImmable Dia. L W H
Adjustable
Max. Ht.

83162 Mini Pendant Chrome
Plated Chrome Finish on Clear Glass 

With Faceted Crystal Accents
(1) 35W 
(GU10)

Y 4.00 --- --- 10.25 95.75

83163
3-Light Mini 

Pendant Linear
Chrome

Plated Chrome Finish on Clear Glass 
With Faceted Crystal Accents

(3) 35W 
(GU10)

Y --- 22.00 4.00 10.25 70.00

83164
9-Light Mini 

Pendant Cluster
Chrome

Plated Chrome Finish on Clear Glass 
With Faceted Crystal Accents

(9) 35W 
(GU10)

Y 19.50 --- --- 7.75 122.00

Lamps included.
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83226
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83226 Black Ceiling Semi-Flushmount shown on opposite page.

83226

DIMMABLE

83235

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 81
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83226
Semi-

Flushmount
Chrome

Black String Shade With Clear 
Round Blown Glass Accents

(3) 40W (G9) Y 16.00 --- --- 18.25 ---

83235
Linear

Pendant
Chrome

Black String Shade With Clear 
Round Blown Glass Accents

(6) 40W (G9) Y --- 32.00 11.00 18.25 59.00

Lamps included.

C
O

L
L

E
C

T
IO

N
S

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83226
http://elan-lighting.com/products/model-83226
http://elan-lighting.com/products/model-83235
http://elan-lighting.com/products/model-83226
http://elan-lighting.com/products/model-83226
http://elan-lighting.com/products/model-83235
http://elan-lighting.com/products/model-83226
http://elan-lighting.com/products/model-83226


www.elan-lighting.com82

83230

83236
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DIMMABLE
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83237

83228

Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83227
Semi-

Flushmount
Chrome

White String Shade With Clear 
Round Blown Glass Accents

(3) 40W (G9) Y 16.00 --- --- 18.25 ---

83228
Semi-

Flushmount
Chrome

Red String Shade With Clear 
Round Blown Glass Accents

(3) 40W (G9) Y 16.00 --- --- 18.25 ---

83230 Pendant Chrome
White String Shade With Clear 
Round Blown Glass Accents

(4) 40W (G9) Y 18.00 --- --- 15.50 56.50

83233 Pendant Chrome
White String Shade With Clear 
Round Blown Glass Accents

(5) 40W (G9) Y 24.00 --- --- 19.50 60.50

83236
Linear

Pendant
Chrome

White String Shade With Clear 
Round Blown Glass Accents

(6) 40W (G9) Y --- 32.00 11.00 18.25 59.00

83237
Linear

Pendant
Chrome

Red String Shade With Clear 
Round Blown Glass Accents

(6) 40W (G9) Y --- 32.00 11.00 18.25 59.00

Lamps included.
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piatt

TM

83248
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DIMMABLE

83242

83245

83239
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83239 Semi-Flushmount Chrome
White Hardback Shade With Clear 

Oval Blown Glass Accents
(3) 40W (G9) Y 16.00 --- --- 18.50 ---

83242 Pendant Chrome
White Hardback Shade With Clear 

Oval Blown Glass Accents
(4) 40W (G9) Y 18.00 --- --- 16.00 57.00

83245 Pendant Chrome
White Hardback Shade With Clear 

Oval Blown Glass Accents
(5) 40W (G9) Y 24.00 --- --- 17.50 58.50

83248 Linear Pendant Chrome
White Hardback Shade With Clear 

Oval Blown Glass Accents
(6) 40W (G9) Y --- 32.00 11.00 17.75 58.50

Lamps included.
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83241

83247
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DIMMABLE

83244

83238
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83238
Semi-

Flushmount
Chrome

Black Hardback Shade With Clear 
Oval Blown Glass Accents

(3) 40W (G9) Y 16.00 --- --- 18.50 ---

83241 Pendant Chrome
Black Hardback Shade With Clear 

Oval  Blown Glass Accents
(4) 40W (G9) Y 18.00 --- --- 16.00 57.00

83243 Pendant Chrome
Red Hardback Shade With Clear 

Oval Blown Glass Accents
(4) 40W (G9) Y 18.00 --- --- 16.00 57.00

83244 Pendant Chrome
Black Hardback Shade With Clear 

Oval Blown Glass Accents
(5) 40W (G9) Y 24.00 --- --- 17.50 58.50

83247
Linear

Pendant
Chrome

 Black Hardback Shade With Clear 
Oval Blown Glass Accents

(6) 40W (G9) Y --- 32.00 11.00 17.75 58.50

Lamps included.
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83087

83086

Ring lit front 
and back

83089

Ring is lit top
and bottom
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83088
Ring is lit top
and bottom
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L W Ext. H
Adjustable
Max. Ht.

83086
Semi-

Flushmount
Chrome

Clear Etched
Acrylic

LED
Cool White

27.9W 3800K 911.8 N 19.00 19.00 --- 13.25 ---

83087
Semi-

Flushmount
Chrome

Clear Etched
Acrylic

LED
Cool White

39W 3800K 1160 N 21.75 19.00 --- 13.25 ---

83088 Pendant Chrome
Clear Etched

Acrylic
LED

Cool White
47.7W 3800K 1448 N 29.00 19.00 --- 15.00 71.25

83089 Sconce Chrome
Clear Etched

Acrylic
LED

Cool White
11.1W 3800K 351.7 N 8.75 --- 7.00 9.00 ---
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83012

83013

83014
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83012 Pendant Chrome
Cased White Glass 

With Clear Edge
LED

Cool White
25.2W 3800K 971.3 N 23.00 16.25 72.75

83013 Pendant Chrome
Cased White Glass 

With Clear Edge
LED

Cool White
21W 3800K 874.5 N 17.75 16.25 72.75

83014 Flushmount Chrome
Cased White Glass 

With Clear Edge
LED

Cool White
21W 3800K 836.7 N 17.75 17.50 ---

Height is adjustable on 83012 and 83013. 

aurana

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83013
http://elan-lighting.com/products/model-83012
http://elan-lighting.com/products/model-83014
http://elan-lighting.com/products/model-83014
http://elan-lighting.com/products/model-83012
http://elan-lighting.com/products/model-83012
http://elan-lighting.com/products/model-83013
http://elan-lighting.com/products/model-83013
http://elan-lighting.com/products/model-83014
http://elan-lighting.com/products/model-83014
http://elan-lighting.com/products/model-83012
http://elan-lighting.com/products/model-83012
http://elan-lighting.com/products/model-83013
http://elan-lighting.com/products/model-83013


alveare

TM

83022
12-Light

83021
15-Light

83020
21-Light

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 91

Model Description Finish Diffuser Light Source Dimmable Dia. W H

Included
Hanging

Ht. Options

83020 Chandelier Chrome Clear Blown Glass (21) 20W (G4) N 25.75 --- 28.50 48 or 96

83021 Chandelier Chrome Clear Blown Glass (15) 20W (G4) N 19.25 --- 19.75 30 or 42

83022 Flushmount Chrome Clear Blown Glass (12) 20W (G4) N 15.75 --- 12.00 ---

83020 supplied with 48” and 96” hanging cable options. Lamps included.

83021 supplied with 30” and 42” hanging cable options. Lamps included.
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83060Textured
white glass

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable Dia. H
Adjustable
Max. Ht.

83060 Pendant Chrome and White Fluted, Textured White Glass (4) 40W (G9) Y 19.25 6.50 54.00

83061 Pendant Chrome and White Fluted, Textured White Glass (5) 40W (G9) Y 25.00 9.25 128.25

Lamps included.
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83032
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83032 Chandelier Chrome
Clear Etched

Acrylic
LED

Cool White
34.5W 3800K 1139 N 21.75 1.75 55.75
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83093
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Mount
up or 
down

83096

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 95

Model Description Finish Diffuser Light Source Dimmable Dia. L W Ext. H
Adjustable
Max. Ht.

83093 Mini Pendant Chrome
Handformed Clear Glass w/ 

Flamed Chip Inside
(1) 40W (G9) Y --- 3.75 3.75 --- 7.00 90.75

83094 Chandelier Chrome
Handformed Clear Glass w/ 

Flamed Chip Inside
(15) 20W (G4) Y 25.00 --- --- --- --- 118.00

83096 5-Light Vanity Chrome
Handformed Clear Glass w/ 

Flamed Chip Inside
(5) 20W (G4) Y --- 29.50 --- 4.75 12.25 ---

83094 ! Special installation instructions: Fixture must be supported independantly of outlet box. 

83094 height is adjustable and lamps included. 83093 and 83096 lamps included.

zanne

TM

DIMMABLE
C

O
L

L
E

C
T

IO
N

S

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83094
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096


83073
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83074
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Model Description Finish Diffuser Light Source Dimmable Dia. H
Adjustable
Max. Ht.

83073
7-Light Mini 

Pendant Cluster
Chrome

Clear Optic Outside Glass With 
Satin-Etched Inner Globe With 

Clear Glass Bottom
(7) 40W (G9) Y 16.25 4.00 118.00

83074
11-Light Mini 

Pendant Cluster
Chrome

Clear Optic Outside Glass With 
Satin-Etched Inner Globe With 

Clear Glass Bottom
(11) 40W (G9) Y 21.75 4.00 118.00

Lamps included.
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83078

83077

83076

83075
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83072

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable Dia. L Ext. H
Adjustable
Max. Ht.

83072 Mini Pendant Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(1) 40W (G9) Y 5.50 --- --- 4.00 89.25

83075 Sconce Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(1) 40W (G9) Y --- 5.50 7.25 6.00 ---

83076 3-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(3) 40W (G9) Y --- 22.75 7.50 6.00 ---

83077 4-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(4) 40W (G9) Y --- 31.50 7.50 6.00 ---

83078 5-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(5) 40W (G9) Y --- 40.25 7.50 6.00 ---

Lamps included.
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83419

ADA compliant

83417

4 LEDs in 

canopy
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83418

4 LEDs in 

canopy

LED
interior
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W Ext. H
Adjustable
Max. Ht.

83417 Chandelier
Chrome and 

Brushed
Aluminum

Clear Etched 
Acrylic

LED
Cool White

67.4W 3800K 2257 Y 33.50 29.75 --- 26.00 ---

83418 Chandelier
Chrome and 

Brushed
Aluminum

Clear Etched 
Acrylic

LED
Cool White

43.5W 3800K 1630 Y 20.00 20.00 --- --- 130.00

83419 Sconce
Chrome and 

Brushed
Aluminum

Clear Etched 
Acrylic

LED
Cool White

12.6W 3800K 583 Y 16.75 --- 3.50 13.75 ---

83418 height is adjustable.
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83106
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83106

5 GU10 in 

canopy

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L W
Adjustable
Max. Ht.

83106 Chandelier Chrome Clear and Frosted Crystal (18) 10W (G4) + (5) 35W (GU10) Y 33.50 17.75 54.00

Lamps included.
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Model Description Finish Shade/Glass Light Source Dimmable Dia. W H
Adjustable
Max. Ht.

83220 Pendant Chrome Opal White Glass (1) 40W (G9) Y 8.00 --- 9.00 53.50

83221 Pendant Chrome Opal White Glass (3) 40W (G9) Y 18.00 --- 15.75 60.00

Lamps included.

cumulus

T M

83221

83220

DIMMABLE
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83016

83015

83017
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W H
Adjustable
Max. Ht.

83015 Chandelier White
 Clear Acrylic 
Etched Inside

LED
Cool  White

21K 3800K 1670 N --- 23.75 21.00 1.25 54.00

83016
Island

Pendant
White

 Clear Acrylic 
Etched Inside

LED
Cool  White

29.4W 3800K 2558 N --- 34.00 13.75 1.25 54.00

83017 Chandelier White
 Clear Acrylic 
Etched Inside

LED
Cool  White

8.4W 3800K 613.6 N 15.00 --- --- 1.25 54.00
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hexel

TM

83125
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hexel

TM

83126

ADA compliant83125

Raise and lower 
each panel to 
create your own 
design

aligned with fixture 
openings below

4 LEDs in 

canopy
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W Ext. H
Adjustable
Max. Ht.

83125 Chandelier
Chrome and 

Brushed
Aluminum

Clear
Etched 
Acrylic

LED
Cool  White

58.1W 3800K 1018 N 36.00 17.50 --- --- 54.00

83126 Sconce
Chrome and 

Brushed
Aluminum

Clear
Etched 
Acrylic

LED
Cool  White

14.4W 3800K 468.2 N --- 7.25 2.75 22.50 ---

83126 is ADA compliant. 

C
O

L
L

E
C

T
IO

N
S

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83125
http://elan-lighting.com/products/model-83125
http://elan-lighting.com/products/model-83125
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126


Raise and lower each 
panel to create your 

own design

83124

3 LEDs in 

canopy

aligned with fixture 
openings below
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83128

3 LEDs in 

canopy

aligned with fixture 
openings below
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L W
Adjustable
Max. Ht.

83124 Chandelier
Chrome and 

Brushed Aluminum
Clear Etched 

Acrylic
LED

Cool  White
43.6W 3800K 1260 N 23.00 21.50 54.00

83128
Island

Pendant
Chrome and 

Brushed Aluminum
Clear Etched 

Acrylic
LED

Cool  White
54.7W 3800K 1936 N 29.25 14.25 54.00
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vallo

TM

83142
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DIMMABLE

83151

83154

83148

83145
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Model Description Finish Diffuser Light Source Dimmable Dia. L Ext. H
Adjustable
Max. Ht.

83142 Pendant Chrome
Chrome Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(6) 50W (G9) Y 17.75 --- --- 13.00 54.00

83145 Pendant Chrome
Chrome Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(7) 50W (G9) Y 23.50 --- --- 15.00 70.75

83148 Pendant Chrome
Chrome Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(10) 50W (G9) Y 30.00 --- --- 16.00 71.75

83151 Sconce Chrome
Chrome Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(3) 50W (G9) Y --- 11.00 5.50 8.75 ---

83154
Oval 

Pendant
Chrome

Chrome Metal Shade With Chrome Angular 
Hanging Accents with Encapsulated Crystals

(12) 50W (G9) Y 31.50 22.75 --- 14.75 70.75

Lamps included.
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83143

Inset crystals are 
visible from both 
sides of chrome 

accents

83149

83146
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Model Description Finish Diffuser
Light

Source Dimmable Dia. L Ext. H
Adjustable
Max. Ht.

83143 Pendant Chrome
Black Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(6) 50W 

(G9)
Y 17.75 --- --- 13.00 54.00

83146 Pendant Chrome
Black Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(7) 50W 

(G9)
Y 23.50 --- --- 15.00 70.75

83149 Pendant Chrome
Black Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(10) 50W 

(G9)
Y 30.00 --- --- 16.00 71.75

83152 Sconce Chrome
Black Metal Shade With Chrome Angular 

Hanging Accents with Encapsulated Crystals
(3) 50W 

(G9)
Y --- 11.00 5.50 8.75 ---

83155
Oval 

Pendant
Chrome

Black Metal Shade With Chrome Angular 
Hanging Accents with Encapsulated Crystals

(12) 50W 
(G9)

Y 31.50 22.75 --- 14.75 70.75

Pendant heights are adjustable. Lamps included.
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83203
5-Light

83204
9-Light
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83202
3-Light

kristall

TM

83201
1-Light

Bubble
crystal
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83201 Mini Pendant Chrome
K9 Bubble Crystal With 

Faceted Edge
(1) 35W (GU4) Y 2.25 --- --- 10.50 95.75

83202
3-Light Mini 

Pendant Linear
Chrome

K9 Bubble Crystal With 
Faceted Edge

(3) 35W (GU4) Y --- 18.75 2.25 10.50 54.00

83203
5-Light Spiral Mini 

Pendant Cluster
Chrome

K9 Bubble Crystal With 
Faceted Edge

(5) 35W (GU4) Y 12.75 --- --- 10.50 123.00

83204
9-Light Spiral Mini 

Pendant Cluster
Chrome

K9 Bubble Crystal With 
Faceted Edge

(9) 35W (GU4) Y 14.75 --- --- 10.50 123.00

Lamps included.
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83223
Round

83222
Oval
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83171
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83171 Flushmount Chrome
Laser Cut Chrome Metal Shade With 

Encapsulated Crystal Accents
(3) 40W (G9) Y 15.75 --- --- 7.75 ---

83172 Mini Pendant Chrome
Laser Cut Chrome Metal Shade With 

Encapsulated Crystal Accents
(1) 40W (G9) Y 3.25 --- --- 7.25 92.25

83222 Oval Pendant Chrome
Oval Laser Cut Chrome Metal Shade 
With Encapsulated Crystal Accents

(4) 50W (G9) Y --- 19.25 9.75 8.25 54.00

83223 Round Pendant Chrome
Round Laser Cut Chrome Metal Shade 

With Encapsulated Crystal Accents
(5) 50W (G9) Y 17.50 --- --- 8.25 54.00

Height is adjustable on 83172, 83222, 83223. Lamps included.
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83173
3-Light

83176
5-Light
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83175
8-Light
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83173
3-Light Mini 

Pendant Linear
Chrome

Laser Cut Chrome Metal Shade With 
Encapsulated Crystal Accents

(3) 40W (G9) Y --- 22.25 3.25 7.25 54.00

83175
8-Light Mini 

Pendant Linear
Chrome

Laser Cut Chrome Metal Shade With 
Encapsulated Crystal Accents

(8) 40W (G9) Y --- 29.25 12.00 7.25 54.00

83176
5-Light Spiral Mini 

Pendant Cluster
Chrome

Laser Cut Chrome Metal Shade With 
Encapsulated Crystal Accents

(5) 40W (G9) Y 15.00 --- --- 7.25 54.00

Lamps included.
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83180
7-Light

83179
6-Light
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83177
1-Light

83178
3-Light
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83177 Mini Pendant Chrome
Clear Textured Glass With 
Hanging Crystal Accent

(1) 35W (GU10) Y 4.00 --- --- 7.75 92.75

83178
3-Light

Mini Pendant Linear
Chrome

Clear Textured Glass With 
Hanging Crystal Accent

(3) 35W (GU10) Y --- 31.50 4.00 7.75 54.00

83179
6-Light

Mini Pendant Linear
Chrome

Clear Textured Glass With 
Hanging Crystal Accent

(6) 35W (GU10) Y --- 25.25 9.50 7.75 54.00

83180
7-Light Spiral

Mini Pendant Cluster
Chrome

Clear Textured Glass With 
Hanging Crystal Accent

(7) 35W (GU10) Y 16.50 --- --- 7.75 108.00

Lamps included.
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83459

83456

ADA compliant
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colson
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L W Ext. H
Adjustable
Max. Ht.

83456 Sconce Chrome
Clear Etched 

Acrylic
LED

Warm White
3.6W 3200K 190 Y --- 5.00 1.75 5.00 ---

83457
Linear

Pendant
Chrome

Clear Etched 
Acrylic

LED
Warm White

14.4W 3200K 793 Y 25.25 .50 --- 3.50 54.00

83458
Linear

Pendant
Chrome

Clear Etched 
Acrylic

LED
Warm White

18W 3200K 1207 Y 32.25 .50 --- 3.50 54.00

83459
Linear

Pendant
Chrome

Clear Etched 
Acrylic

LED
Warm White

28.8W 3200K 1616 Y 25.25 7.00 --- --- 54.00

83456 sconce is ADA compliant.
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Moveable 
counterweight
to set 
adjustable
fixture height

83193

83194
3-Light

centric

TM

Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83193 Mini Pendant Chrome
Perforated Chrome 

Metal Shade
(1) 35W (GY6.35) Y 6.00 --- --- 6.25 63.00

83194
3-Light Mini 

Pendant Linear
Chrome

Perforated Chrome 
Metal Shade

(3) 35W (GY6.35) Y --- 37.50 6.00 6.25 63.00

Lamps included.

DIMMABLE
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83047
5-Light

83048
9-Light83046

1-Light
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Model Description Finish Diffuser Light Source Dimmable Dia. W H
Adjustable
Max. Ht.

83046 Mini Pendant Chrome Flame Polished Clear Optic Crystal (1) 20W (G4)  Y 3.50 --- 3.00 89.50

83047
5-Light Spiral Mini 

Pendant Cluster
Chrome Flame Polished Clear Optic Crystal (5) 20W (G4) Y 12.25 --- 3.00 108.00

83048
9-Light Spiral Mini 

Pendant Cluster
Chrome Flame Polished Clear Optic Crystal (9) 20W (G4) Y 13.00 --- 3.00 108.00

Lamps included.

eisa

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83047
http://elan-lighting.com/products/model-83047
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83048
http://elan-lighting.com/products/model-83048
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83047
http://elan-lighting.com/products/model-83047
http://elan-lighting.com/products/model-83048


83158
1-Light

www.elan-lighting.com126

Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83158 Mini Pendant Chrome
Plated Chrome Finish

On Frosted Glass
(1) 60W (E26) Y 4.00 --- --- 9.00 94.00

83159
3-Light Mini

Pendant Linear
Chrome

Plated Chrome Finish
On Frosted Glass

(3) 60W (E26) Y --- 22.00 4.00 9.00 64.75

Lamps not included.

83159
3-Light

huia

TM

DIMMABLE

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83159
http://elan-lighting.com/products/model-83159
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83159
http://elan-lighting.com/products/model-83159
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83188
3-Light

83187
1-Light

83191
Flushmount

considine

TM

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L W H
Adjustable
Max. Ht.

83187 Mini Pendant Chrome Clear and Frosted Glass (1) 20W (G4) Y 3.25 3.25 2.75 88.50

83188
3-Light

Mini Pendant Linear
Chrome Clear and Frosted Glass (3) 20W (G4) Y 19.00 3.25 2.75 59.00

83191 Flushmount Chrome Clear and Frosted Glass (8) 20W (G4) Y 23.25 23.25 6.75 ---

Height is adjustable on 83187 and 83188. Lamps included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83188
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83191
http://elan-lighting.com/products/model-83191
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83188
http://elan-lighting.com/products/model-83188
http://elan-lighting.com/products/model-83191
http://elan-lighting.com/products/model-83191
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83188
http://elan-lighting.com/products/model-83188
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mini pendants
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83316

83317

DIMMABLE
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83363

anello

zuy
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83316 Mini Pendant Black
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 6.00 1.25 6.00 91.25

83317 Mini Pendant White
Clear Etched 

Acrylic
LED  Warm White 5W 3200K Y 6.00 1.25 6.00 91.25

83363 Mini Pendant Chrome
Clear Etched 

Acrylic
LED

Warm White
6W 3200K Y 5.75 2.25 5.75 91.25

http://www.elanlighting.com
http://elan-lighting.com/products/model-83317
http://elan-lighting.com/products/model-83363
http://elan-lighting.com/products/model-83316
http://elan-lighting.com/products/model-83316
http://elan-lighting.com/products/model-83316
http://elan-lighting.com/products/model-83316
http://elan-lighting.com/products/model-83317
http://elan-lighting.com/products/model-83317
http://elan-lighting.com/products/model-83363
http://elan-lighting.com/products/model-83363


minn

TM

83310

83311

83312

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable L W H
Adjustable
Max. Ht.

83310 Mini Pendant Chrome/Black
Clear Etched

Acrylic
LED

Warm White
3W 3200K Y 6.00 3.25 5.75 91.25

83311 Mini Pendant Chrome/White
Clear Etched

Acrylic
LED

Warm White
3W 3200K Y 6.00 3.25 5.75 91.25

83312 Mini Pendant
Chrome/

Metallic Gray
Clear Etched

Acrylic
LED

Warm White
3W 3200K Y 6.00 3.25 5.75 91.25

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83310
http://elan-lighting.com/products/model-83310
http://elan-lighting.com/products/model-83312
http://elan-lighting.com/products/model-83311
http://elan-lighting.com/products/model-83310
http://elan-lighting.com/products/model-83310
http://elan-lighting.com/products/model-83311
http://elan-lighting.com/products/model-83311
http://elan-lighting.com/products/model-83312
http://elan-lighting.com/products/model-83312
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83264

83265

rakz

TM

Model Description Finish Diffuser Light Source Dimmable Dia. W H
Adjustable
Max. Ht.

83158 Mini Pendant Chrome
Plated Chrome Finish

On Frosted Glass
(1) 60W (E26) Y 4.00 --- 9.00 94.00

83264 Mini Pendant
Brushed

Aluminum
--- (1) 35W (GU10) Y 2.75 --- 10.50 87.75

83265 Mini Pendant Matte Black --- (1) 35W (GU10) Y 2.75 --- 10.50 87.75

83264 and 83265 lamps included. 83158 lamp not included.

83158

huia

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83265
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83265
http://elan-lighting.com/products/model-83265
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83264
http://elan-lighting.com/products/model-83265
http://elan-lighting.com/products/model-83265
http://elan-lighting.com/products/model-83158
http://elan-lighting.com/products/model-83158


83400/83420

neruda

TM

83001

adega

TM

83201

kristall

TM

Clear
crystals 

inside

Bubble
crystal

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable Dia. L W H
Adjustable
Max. Ht.

83001
Mini

Pendant
Chrome

Optical Crystal 
w/ Bubbles

(1) 40W 
(G9)

--- --- --- Y --- 1.75 1.75 9.25 94.25

83201
Mini

Pendant
Chrome

K9 Bubble 
Crystal With 

Faceted Edge

(1) 35W 
(GU4)

--- --- --- Y 2.25 --- --- 10.50 95.75

83400
Mini

Pendant
Chrome

Clear Crystal 
w/ Crystal 

Beads

LED
Cool White

5.4W 3800K 439.2 Y 2.25 --- --- 6.25 92.25

83420
Mini

Pendant
Chrome

Clear Crystal 
w/ Crystal 

Beads

LED
Warm 
White

5.4W 3200K 439.2 Y 2.25 --- --- 6.25 92.25

83001 and 83201 lamps included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83400
http://elan-lighting.com/products/model-83420
http://elan-lighting.com/products/model-83420
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83201
http://elan-lighting.com/products/model-83201
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83201
http://elan-lighting.com/products/model-83201
http://elan-lighting.com/products/model-83400
http://elan-lighting.com/products/model-83400
http://elan-lighting.com/products/model-83420
http://elan-lighting.com/products/model-83420
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83001
http://elan-lighting.com/products/model-83201
http://elan-lighting.com/products/model-83201


83065

krysalis

T M

Inside filigree, 
metal dragonfly 

wing style

83162

shayla

TM

83177

linnett

T M
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Model Description Finish Diffuser Light Source Dimmable Dia. H
Adjustable
Max. Ht.

83065 Mini Pendant Chrome Clear Glass w/ Inner White Metal Filigree (1) 60W (E26) Y 3.25 11.75 97.00

83162 Mini Pendant Chrome
Plated Chrome Finish on Clear Glass With 

Faceted Crystal Accents
(1) 35W (GU10) Y 4.00 10.25 95.75

83177 Mini Pendant Chrome
Clear Textured Glass With Hanging 

Crystal Accent
(1) 35W (GU10) Y 4.00 7.75 92.75

83162 and 83177 lamps included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83177
http://elan-lighting.com/products/model-83177
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83177
http://elan-lighting.com/products/model-83177
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83162
http://elan-lighting.com/products/model-83177
http://elan-lighting.com/products/model-83177


83130

rockne

TM

DIMMABLE

www.elan-lighting.com134

83337

essex

TM

Model Description Finish Diffuser
Light Source LED

Wattage LED K Lumens Dimmable Dia. H
Adjustable
Max. Ht.

83266 Mini Pendant Chrome Crystal
LED

Cool White
6W 3800K 269 Y 5.00 4.25 89.25

83130 Mini Pendant Chrome Clear K9 Crystal (1) 20W (G4) --- --- --- Y 4.25 8.75 95.00

83337 Mini Pendant Chrome Faceted Crystal
LED

Warm White
6W 3200K --- Y 3.25 6.00 91.75

83130 lamp included.

83266

renzu

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83266
http://elan-lighting.com/products/model-83266
http://elan-lighting.com/products/model-83130
http://elan-lighting.com/products/model-83130
http://elan-lighting.com/products/model-83337
http://elan-lighting.com/products/model-83337
http://elan-lighting.com/products/model-83266
http://elan-lighting.com/products/model-83266
http://elan-lighting.com/products/model-83130
http://elan-lighting.com/products/model-83130
http://elan-lighting.com/products/model-83337
http://elan-lighting.com/products/model-83337
http://elan-lighting.com/products/model-83130
http://elan-lighting.com/products/model-83130
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83270

83275

Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable Dia. L W H
Adjustable
Max. Ht.

83270 Mini Pendant Chrome
Clear Crystal 
Etched Inside

(1) 20W (G4) --- --- --- Y 4.00 --- --- 3.25 89.00

83275 Mini Pendant Chrome
Clear Bubble 

Crystal
LED

Warm White
4W 3200K 101.6 Y 3.25 --- --- 7.00 93.00

83333 Mini Pendant Chrome
Clear Crackle 

Glass
(1) 40W (G9) --- --- --- Y --- 5.50 6.75 6.75 91.75

83270 and 83333 lamps Included.

zucca

TM

xela

TM

83333

icekubez

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83275
http://elan-lighting.com/products/model-83275
http://elan-lighting.com/products/model-83333
http://elan-lighting.com/products/model-83333
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83275
http://elan-lighting.com/products/model-83275
http://elan-lighting.com/products/model-83333
http://elan-lighting.com/products/model-83333
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83270
http://elan-lighting.com/products/model-83333
http://elan-lighting.com/products/model-83333


menicus

T M

83252

lavinia

83378

83253

DIMMABLE
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Dimmable Dia. H
Adjustable
Max. Ht.

83252 Mini Pendant
Chrome w/ Red 

Cloth-Covered Cord
Clear Blown Glass (1) 25W (G9) --- --- Y 3.50 5.00 84.00

83253 Mini Pendant
Chrome w/ Black 

Cloth-Covered Cord
Clear Blown Glass (1) 25W (G9) --- --- Y 3.50 5.00 84.00

83378 Mini Pendant Chrome
Bubble Crystal 

with Etched Acrylic
LED

Warm White
6W 3200K Y 3.50 5.50 92.50

83252 and 83253 lamps included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83378
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83378
http://elan-lighting.com/products/model-83378
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83252
http://elan-lighting.com/products/model-83253
http://elan-lighting.com/products/model-83253
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83072

niu

TM

83354

ausa

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable Dia. L W H
Adjustable
Max. Ht.

83072
Mini

Pendant
Chrome

Clear Optic Outside Glass 
With Satin-Etched Inner 
Globe With Clear Glass 

Bottom

(1) 40W (G9) --- --- Y 5.50 --- --- 4.00 89.25

83093
Mini

Pendant
Chrome

Handformed Clear Glass 
w/ Flamed Chip Inside

(1) 40W (G9) --- --- Y --- 3.75 3.75 7.00 90.75

83354
Mini

Pendant
Chrome Clear and Crystal

LED
Warm White

7W 3200K Y 4.50 --- --- 4.00 89.00

83072 and 83093 lamps included. 

83093

zanne

TM

DIMMABLE

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83354
http://elan-lighting.com/products/model-83354
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83354
http://elan-lighting.com/products/model-83354
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83072
http://elan-lighting.com/products/model-83093
http://elan-lighting.com/products/model-83093


83193

centric

TM

83356

koflo

TM

DIMMABLE
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83172

daudet

TM

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable Dia. H
Adjustable
Max. Ht.

83172 Mini Pendant Chrome
Laser Cut Chrome Metal 

Shade With Encapsulated 
Crystal Accents

(1) 40W (G9) --- --- Y 3.25 7.25 92.25

83193 Mini Pendant Chrome
Perforated Chrome 

Metal Shade
(1) 35W 
(GY6.35)

--- --- Y 6.00 6.25 63.00

83356 Mini Pendant
Brushed
Nickel

Clear Etched Acrylic
LED

Warm White
7W 3200K Y 4.00 4.25 89.75

83172 and 83193 lamps included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83356
http://elan-lighting.com/products/model-83356
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83193
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83193
http://elan-lighting.com/products/model-83193
http://elan-lighting.com/products/model-83356
http://elan-lighting.com/products/model-83356
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83172
http://elan-lighting.com/products/model-83193
http://elan-lighting.com/products/model-83193
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83187
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Model Description Finish Diffuser Light Source Dimmable Dia. L W H
Adjustable
Max. Ht.

83046 Mini Pendant Chrome
Flame Polished 

Clear Optic Crystal
(1) 20W (G4)  Y 3.50 --- --- 3.00 89.50

83109 Mini Pendant White Formed Metal (1) 60W (E26) Y 4.50 --- --- 11.75 96.75

83187 Mini Pendant Chrome
Clear and Frosted 

Glass
(1) 20W (G4) Y

---
3.25 3.25 2.75 88.50

83046 and 83187 lamps included. 83109 lamp not included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83109
http://elan-lighting.com/products/model-83109
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83109
http://elan-lighting.com/products/model-83109
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83046
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83187
http://elan-lighting.com/products/model-83109
http://elan-lighting.com/products/model-83109


vanity

83335

www.elan-lighting.com140

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83335
http://elan-lighting.com/products/model-83335


83336

83335

83334

V
A

N
IT

Y
DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 141

Model Description Finish Diffuser Light Source Dimmable L Ext. H

83336 Sconce Chrome Clear Crackle Glass (1) 40W (G9) Y 5.25 7.25 5.75

83335 4-Light Vanity Chrome Clear Crackle Glass (4) 40W (G9) Y 24.50 7.25 5.75

83334 6-Light Vanity Chrome Clear Crackle Glass (6) 40W (G9) Y 36.25 7.25 5.75

Lamps included.

icekubez

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83335
http://elan-lighting.com/products/model-83334
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83335
http://elan-lighting.com/products/model-83335
http://elan-lighting.com/products/model-83334
http://elan-lighting.com/products/model-83334


83070

83071

83069

krysalis

T M

Inside filigree, 
metal dragonfly 

wing style

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L Ext. H

83069 Sconce Chrome Clear Glass w/ Inner White Metal Filigree (1) 60W (E26) Y 4.75 5.25 9.50

83070 Vanity Chrome Clear Glass w/ Inner White Metal Filigree (3) 60W (E26) Y 19.75 5.25 9.50

83071 Vanity Chrome Clear Glass w/ Inner White Metal Filigree (4) 60W (E26) Y 27.00 5.25 9.50

Lamps not included.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83070
http://elan-lighting.com/products/model-83071
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83070
http://elan-lighting.com/products/model-83070
http://elan-lighting.com/products/model-83071
http://elan-lighting.com/products/model-83071
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83085
White cased glass
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Model Description Finish Diffuser Light Source Dimmable L Ext. H

83083 2-Light Vanity Chrome White Cased Glass With Wheel Cut Detail (2) 60W (E12) Y 17.25 4.75 6.00

83084 3-Light Vanity Chrome White Cased Glass With Wheel Cut Detail (3) 60W (E12) Y 26.00 4.75 6.00

83085 4-Light Vanity Chrome White Cased Glass With Wheel Cut Detail (4) 60W (E12) Y 34.75 4.75 6.00

Lamps not included.

undulla

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83085
http://elan-lighting.com/products/model-83085
http://elan-lighting.com/products/model-83083
http://elan-lighting.com/products/model-83084
http://elan-lighting.com/products/model-83083
http://elan-lighting.com/products/model-83083
http://elan-lighting.com/products/model-83084
http://elan-lighting.com/products/model-83084
http://elan-lighting.com/products/model-83085
http://elan-lighting.com/products/model-83085


83186

83189

83190

Mount up 
or down

DIMMABLE

Clear and 
frosted glass

considine

TM

Model Description Finish Diffuser Light Source Dimmable L Ext. H

83186 Sconce Chrome Clear and Frosted Glass (2) 20W (G4) Y 4.75 4.75 5.50

83189 3-Light Vanity Chrome Clear and Frosted Glass (3) 20W (G4) Y 18.00 5.00 4.75

83190 5-Light Vanity Chrome Clear and Frosted Glass (5) 20W (G4) Y 31.50 5.00 4.75

Lamps included.
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http://www.elan-lighting.com
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83189
http://elan-lighting.com/products/model-83190
http://elan-lighting.com/products/model-83190
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83189
http://elan-lighting.com/products/model-83189
http://elan-lighting.com/products/model-83190
http://elan-lighting.com/products/model-83190


83112

83114

83116

83111

83113

83115

V
A

N
IT

Y
DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L Ext. H

83111 Sconce White Etched Glass Bottom (1) 40W (G9) Y 10.25 4.50 5.50

83112 Sconce Nickel Etched Glass Bottom (1) 40W (G9) Y 10.25 4.50 5.50

83113 5-Light Vanity White Etched Glass Bottom (5) 40W (G9) Y 30.00 4.75 5.50

83114 5-Light Vanity Nickel Etched Glass Bottom (5) 40W (G9) Y 30.00 4.75 5.50

83115 6-Light Vanity White Etched Glass Bottom (6) 40W (G9) Y 36.00 4.75 5.50

83116 6-Light Vanity Nickel Etched Glass Bottom (6) 40W (G9) Y 36.00 4.75 5.50

Lamps included.

marsimik

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83111
http://elan-lighting.com/products/model-83111
http://elan-lighting.com/products/model-83113
http://elan-lighting.com/products/model-83115
http://elan-lighting.com/products/model-83112
http://elan-lighting.com/products/model-83114
http://elan-lighting.com/products/model-83116
http://elan-lighting.com/products/model-83111
http://elan-lighting.com/products/model-83111
http://elan-lighting.com/products/model-83112
http://elan-lighting.com/products/model-83112
http://elan-lighting.com/products/model-83113
http://elan-lighting.com/products/model-83113
http://elan-lighting.com/products/model-83114
http://elan-lighting.com/products/model-83114
http://elan-lighting.com/products/model-83115
http://elan-lighting.com/products/model-83115
http://elan-lighting.com/products/model-83116
http://elan-lighting.com/products/model-83116


83165

ADA compliant

83166

ADA compliant

DIMMABLE
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Model Description Finish Diffuser Light Source Dimmable L Ext. H

83165 Sconce Chrome Frosted Glass (1) 40W (G9) Y 6.00 3.50 6.00

83166 4-Light Vanity Chrome Frosted Glass (4) 40W (G9) Y 28.25 3.50 6.00

83167 5-Light Vanity Chrome Frosted Glass (5) 40W (G9) Y 35.75 3.50 6.00

All above are ADA compliant. Lamps included.

83167

ADA compliant

unsa

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83166
http://elan-lighting.com/products/model-83166
http://elan-lighting.com/products/model-83167
http://elan-lighting.com/products/model-83167
http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83166
http://elan-lighting.com/products/model-83166
http://elan-lighting.com/products/model-83167
http://elan-lighting.com/products/model-83167


83276

83277

Etched acrylic

V
A

N
IT

Y
DIMMABLE

All measurements shown in inches. Complete product specifications are available at www.elan-lighting.com 147

Model Description Finish Diffuser Light Source
LED

Wattage LED K Dimmable L Ext. H

83135 Sconce Chrome Clear K9 Crystal (1) 20W (G4) --- --- Y 6.00 7.00 9.25

83136 Vanity Chrome Clear K9 Crystal (3) 20W (G4) --- --- Y 17.75 7.00 9.25

83137 Vanity Chrome Clear K9 Crystal (5) 20W (G4) --- --- Y 32.00 7.00 9.25

83276 3-Panel Vanity Chrome Clear Etched Acrylic
LED

Warm White
24W 3200K Y 23.00 4.50 4.75

83277 4-Panel Vanity Chrome Clear Etched Acrylic
LED

Warm White
32W 3200K Y 32.00 4.50 4.75

83135, 83136 and 83137 lamps included.  83276 and 83277 can be mounted up or down.

olo

T M

83135

rockne

TM

83136

83137

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83277
http://elan-lighting.com/products/model-83277
http://elan-lighting.com/products/model-83136
http://elan-lighting.com/products/model-83135
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83135
http://elan-lighting.com/products/model-83135
http://elan-lighting.com/products/model-83136
http://elan-lighting.com/products/model-83136
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83277
http://elan-lighting.com/products/model-83277
http://elan-lighting.com/products/model-83135
http://elan-lighting.com/products/model-83135
http://elan-lighting.com/products/model-83136
http://elan-lighting.com/products/model-83136
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83137
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83276
http://elan-lighting.com/products/model-83277
http://elan-lighting.com/products/model-83277


83078

83077

83076

83075

Model Description Finish Diffuser Light Source Dimmable L Ext. H

83075 Sconce Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(1) 40W (G9) Y 5.50 7.25 6.00

83076 3-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(3) 40W (G9) Y 22.75 7.50 6.00

83077 4-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(4) 40W (G9) Y 31.50 7.50 6.00

83078 5-Light Vanity Chrome
Clear Optic Outside Glass With Satin-Etched 

Inner Globe With Clear Glass Bottom
(5) 40W (G9) Y 40.25 7.50 6.00

Lamps included.

niu

TM

DIMMABLE
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http://www.elan-lighting.com
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83076
http://elan-lighting.com/products/model-83077
http://elan-lighting.com/products/model-83078
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83076
http://elan-lighting.com/products/model-83076
http://elan-lighting.com/products/model-83077
http://elan-lighting.com/products/model-83077
http://elan-lighting.com/products/model-83078
http://elan-lighting.com/products/model-83078


Mount
up or 
down

83096

zanne

TM

V
A

N
IT

Y

maze

TM

83372
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83096
5-Light
Vanity

Chrome
Handformed Clear 
Glass w/ Flamed 

Chip Inside
(5) 20W (G4) --- --- -- Y 29.50 4.75 12.25

83372 Vanity Chrome
Clear Acrylic Etched 
Inside with Hanging 

Crystal Accents

LED
Cool White

22W 3800K --- Y 22.75
4.30-
6.125

9.00

83096 Lamps included. 

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83372
http://elan-lighting.com/products/model-83372
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83372
http://elan-lighting.com/products/model-83372
http://elan-lighting.com/products/model-83096
http://elan-lighting.com/products/model-83096


sconces

83069

www.elan-lighting.com150

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83069


Inside filigree, 
metal dragonfly 

wing style

83280

ADA compliant

kotton

S
C

O
N

C
E

S

krysalis

T M

83069

83075

niu

TM

DIMMABLE

83126

ADA compliant
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83069 Sconce Chrome
Clear Glass w/ White Metal 

Filigree
(1) 60W (E26) --- --- --- Y 4.75 5.25 9.50

83075 Sconce Chrome
Clear Optic Outside Glass 

With Satin-Etched Inner Globe 
With Clear Glass Bottom

(1) 40W (G9) --- --- --- Y 5.50 7.25 6.00

83126 Sconce
Chrome and 

Brushed
Aluminum

Clear Etched Acrylic
LED

Cool  White
14.4W 3800K 468.2 N 7.25 2.75 22.50

83280 Sconce Chrome Frosted White Glass
LED

Warm White
3.6W 3200K 227.5 Y 10.00 3.75 14.25

83280 and 83126 are ADA compliant. 83075 lamp included.

hexel

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83069
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83280
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83126
http://elan-lighting.com/products/model-83075
http://elan-lighting.com/products/model-83075


83186

Clear and 
frosted glass

considine

TM

83336

icekubez

TM

83267

ADA compliant

Mount
vertical or 
horizontal

Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83151 Sconce Chrome

Chrome Metal Shade With 
Chrome Angular Hanging 

Accents with Encapsulated 
Crystals

(3) 50W (G9) --- --- --- Y 11.00 5.50 8.75

83152 Sconce Chrome

Black Metal Shade With 
Chrome Angular Hanging 

Accents with Encapsulated 
Crystals

(3) 50W (G9) --- --- --- Y 11.00 5.50 8.75

83186 Sconce Chrome Clear and Frosted Glass (2) 20W (G4) --- --- --- Y 4.75 4.75 5.50

83267 Sconce Chrome Clear Etched Acrylic
LED

Warm White
7.2W 3200K 396.9 Y 9.50 3.25 4.75

83336 Sconce Chrome Clear Crackle Glass (1) 40W (G9) --- --- --- Y 5.25 7.25 5.75

83151, 83152, 83186 and 83336 lamps included. 83267 is ADA compliant and shown above as vertical and horizontal.

DIMMABLE

83152

www.elan-lighting.com152

tvill

TM

83151

vallo

TM

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83267
http://elan-lighting.com/products/model-83267
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83267
http://elan-lighting.com/products/model-83267
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83151
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83152
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83186
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83336
http://elan-lighting.com/products/model-83267
http://elan-lighting.com/products/model-83267


83414/83434

ADA compliant

83413/83433

ADA compliant

Crystals are in front 
and back of frame. 
Reflective chrome 

canopy.

83451

maze

TM

S
C

O
N

C
E

S

crushed ice

TM

Inside frame pivots

DIMMABLE

menicus

T M

83259
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Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83259
3-Light
Sconce

Chrome Clear Blown Glass
(3) 25W 

(G9)
--- --- --- Y 11.75 4.75 18.50

83413 Sconce Chrome Clear Glass w/ Crystals
LED

Cool White
18W 3800K 817 Y 6.50 3.75 12.00

83433 Sconce Chrome Clear Glass w/ Crystals
LED

Warm White
18W 3200K 817 Y 6.50 3.75 12.00

83414 Sconce Chrome Clear Glass w/ Crystals
LED

Cool White
15W 3800K 905 Y 9.75 3.75 9.75

83434 Sconce Chrome Clear Glass w/ Crystals
LED

Warm White
15W 3200K 905 Y 9.75 3.75 9.75

83451 Sconce Chrome
Clear Acrylic Etched Inside 

with Hanging Crystal Accents
LED

Cool White
8.6W 3800K 766 Y 7.00

4.00 - 
6.25

9.00

83259 lamps included. Crushed Ice sconces are ADA compliant. 

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83414
http://elan-lighting.com/products/model-83414
http://elan-lighting.com/products/model-83434
http://elan-lighting.com/products/model-83434
http://elan-lighting.com/products/model-83413
http://elan-lighting.com/products/model-83413
http://elan-lighting.com/products/model-83433
http://elan-lighting.com/products/model-83433
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83451
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83413
http://elan-lighting.com/products/model-83413
http://elan-lighting.com/products/model-83433
http://elan-lighting.com/products/model-83433
http://elan-lighting.com/products/model-83414
http://elan-lighting.com/products/model-83414
http://elan-lighting.com/products/model-83434
http://elan-lighting.com/products/model-83434
http://elan-lighting.com/products/model-83451
http://elan-lighting.com/products/model-83451
http://elan-lighting.com/products/model-83259
http://elan-lighting.com/products/model-83259


83456

ADA compliant

colson

TM

83165

ADA compliant

unsa

TM

83112

83111

DIMMABLE

83135

rockne

TM
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83111 Sconce White
Etched Glass 

Bottom
(1) 40W (G9) --- --- --- Y 10.25 4.50 5.50

83112 Sconce Nickel
Etched Glass 

Bottom
(1) 40W (G9) --- --- --- Y 10.25 4.50 5.50

83135 Sconce Chrome Clear K9 Crystal (1) 20W (G4) --- --- --- Y 6.00 7.00 9.25

83165 Sconce Chrome Frosted Glass (1) 40W (G9) --- --- --- Y 6.00 3.50 6.00

83456 Sconce Chrome Etched Acrylic
LED

Warm White
3.6W 3200K 190 Y 5.00 1.75 5.00

83111, 83112, 83135 and 83165 lamps included. 83165 and 83456 are ADA compliant.

marsimik

TM

http://www.elan-lighting.com
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http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83165
http://elan-lighting.com/products/model-83165
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http://elan-lighting.com/products/model-83456
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83100

83101

follen

TM

83366

83367
javan

TM

S
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83419

ADA compliant

zium

TM
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Model Description Finish Diffuser Light Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83100 Sconce White
Clear Etched 

Acrylic
LED

Cool White
6W 3800K 379 N 4.75 4.50 9.75

83101 Sconce Brushed Aluminum
Clear Etched 

Acrylic
LED

Cool White
6W 3800K 379 N 4.75 4.50 9.75

83366 Sconce White
Clear Etched 

Acrylic
LED

Warm White
19.2W 3200K --- Y 7.75 3.25 7.75

83367 Sconce Brushed Nickel
Clear Etched 

Acrylic
LED

Warm White
19.2W 3200K --- Y 7.75 3.25 7.75

83419 Sconce
Chrome and 

Brushed Aluminum
Clear Etched 

Acrylic
LED

Cool White
12.6W 3800K 583 Y 16.75 3.50 13.75

83419 is ADA compliant.

http://www.elan-lighting.com
http://elan-lighting.com/products/model-83366
http://elan-lighting.com/products/model-83367
http://elan-lighting.com/products/model-83367
http://elan-lighting.com/products/model-83100
http://elan-lighting.com/products/model-83101
http://elan-lighting.com/products/model-83101
http://elan-lighting.com/products/model-83419
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http://elan-lighting.com/products/model-83367
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http://elan-lighting.com/products/model-83419
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83273

ADA compliant

83272

ADA compliant

83274

ADA compliant

83271

ADA compliant

fornello

TM

Ring lit front 
and back

83089

moku

TM

Model Description Finish Diffuser
Light

Source
LED

Wattage LED K Lumens Dimmable L Ext. H

83089 Sconce Chrome
Clear Etched 

Acrylic
LED

Cool White
11.1W 3800K 351.7 N 8.75 7.00 9.00

83123 Sconce Chrome
Hanging Crystal 

Accents
LED

Cool White
9W 3800K 369.1 N 14.50 9.50 7.25

83271 Sconce White  Etched Glass
LED

Cool White
8.6W 3800K 375.3 Y 9.50 3.75 9.50

83272 Sconce
Brushed

Aluminum
 Etched Glass

LED
Cool White

8.6W 3800K 375.3 Y 9.50 3.75 9.50

83273 Sconce Red  Etched Glass
LED

Cool White
8.6W 3800K 375.3 Y 9.50 3.75 9.50

83274 Sconce  Black  Etched Glass
LED

Cool White
8.6W 3800K 375.3 Y 9.50 3.75 9.50

Fornello sconces above are all ADA compliant. 

83123

kascade

http://www.elan-lighting.com
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Abbreviation Codes

L = length
W = width
H = height

Dia. = diameter
Ext. = extension

Max. Ht. = maximum height

Since many heights are 
adjustable, the measurements 
shown are of the fixture body. 
For diagrams of every fixture,

see www.elan-lighting.com

For canopy dimensions and 
other specifications, see 
www.elan-lighting.com

Max. Ht. is the 
maximum hanging 
height available for 
the fixture body with 
hanging wires/cords

Dimensions Diagram

Halogen Bulbs Incandescent  Bulbs

legend
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recommended dimmers

general warranty

Warranty and Limitations

Aside from the exceptions noted below, élan warrants that its Products will be free from defects in material and 
workmanship for one (1) year from the date of purchase by the Original Purchaser. The exceptions are:

LED Wall Sconces, LED Pendants and LED Chandeliers are warranted for three (3) years on the Light Engine and 
all other electrical components.

Non-LED Light bulbs carry no warranty.

To replace a Product that has a warranted defect, the Original Purchaser shall return any allegedly defective parts 
or Products to the authorized élan distributor the Product was purchased from with PROOF OF PURCHASE, 
Original Purchaser’s name and return address, and a description of the claimed Product defect.

If any of the warranted Products are found by élan, in its sole discretion, to be defective, such Products will, at 
élan’s sole option and cost, be replaced, repaired or refunded less an amount directly attributable to Original 
Purchaser’s prior use of the Product.  élan will return the repaired or replaced Product prepaid freight.  This 
warranty does not cover labor or other costs or expenses to remove or install any defective, repaired or replaced 
Product.

The parties hereto expressly agree that Original Purchaser’s sole and exclusive remedy against élan shall be for 
the repair, replacement or refund of defective Products as provided herein. This warranty extends only to Product 
ownership by the Original Purchaser; is not transferable whether to heirs, subsequent owners, or otherwise; and 
is void if the Original Purchaser ceases to own the Product.

This warranty does not apply to any Products that have been subjected to misuse, mishandling, misapplication, 
connected to voltage at more than 5% above standard North American Voltage, unusual use (including but 
not limited to use in an environment where the annual average ambient operating temperature is below 27 
or above 95 degrees Fahrenheit), neglect (including but not limited to improper maintenance), accident, acts 
of god such as high winds, improper installation or care, failure to follow the Product’s written instructions for 
normal use and care, improper packaging of Products returned to  élan, modification (including but not limited to 
use of unauthorized parts or attachments), or adjustment or repair. Significant Product exposure to chemicals, 
harsh cleaners, salt water or salt air will void any and all warranties on exterior finishes.  Notwithstanding the 
foregoing, This warranty only applies when all components, including transformers, have been provided by élan. 
Substituting another manufacturer’s product and/or components will render the warranty completely void.

THIS WARRANTY GIVES YOU SPECIFIC LEGAL RIGHTS. YOU MAY ALSO HAVE OTHER RIGHTS WHICH VARY 
FROM STATE TO STATE. SOME STATES DO NOT ALLOW LIMITATIONS ON HOW LONG AN IMPLIED WARRANTY 
LASTS OR THE EXCLUSION OR LIMITATION OF INCIDENTAL OR CONSEQUENTIAL DAMAGES SO THE ABOVE 
LIMITATIONS OR EXCLUSIONS MAY NOT APPLY TO YOU.

THE FOREGOING WARRANTY IS IN LIEU OF ALL OTHER WARRANTIES, EXPRESS OR IMPLIED, INCLUDING 
THOSE OF MERCHANTABILITY, FITNESS FOR ANY PARTICULAR PURPOSE OR INFRINGEMENT. ORIGINAL 
PURCHASER SHALL IN NO EVENT BE ENTITLED TO, AND  élan SHALL NOT BE LIABLE FOR, INDIRECT, SPECIAL, 
INCIDENTAL OR CONSEQUENTIAL DAMAGES OF ANY NATURE, INCLUDING, BUT NOT LIMITED TO LOSS OF 
PROFIT, PROMOTIONAL AND/OR MANUFACTURING EXPENSES, OVERHEAD, INJURY TO REPUTATION AND/
OR LOSS OF CUSTOMERS. 

Only electronic low voltage (“ELV”) dimmers should be used.  LED fixture dimming performance will vary between 
dimmer manufacturers and models.  Recommended ELV dimmers include: Legrand® adorne® sofTap® Dimmer 
ADTP703TUM4* or Leviton® Decora® SureSlide® Dimmer 6615-P0T. **

* Legrand®, adorne® and sofTap® are registered trademarks in the United States, other countries or both of 
Legrand France or its affiliates.  Kichler claims no rights or interest in such trademarks.

** Leviton®, Decora® and SureSlide® are trademarks of Leviton Mfg. Co., Inc., registered in the United States 
and other countries.  Kichler claims no rights or interest in such trademarks.

To serve you better, élan Lighting reserves the right to make improvements to the products 
in this catalog. Therefore, some products may change during the life of the catalog and the 
product information contained in this catalog may also have changed.
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