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M160-250x Non-Fused
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Terminal shrouds
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2
2

S
01

70
9A

M

M

TS250x

For Class J fuse types, 0-3 and 3-0 configurations

For Class J types, 1-1 to 2-2 configurations
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Handle direct

LON160 LOFF160 Locking mechanism for M160x-250x non-fused
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LUG200 - AWG #6 - 300 MCM
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4P250 Neutral pole

Lugs
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Clearances per UL98

Externally-mounted auxiliary contacts
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