M315-500x Non-Fused

Document no. 34M315-500NF-A
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M315-500x Non-Fused

NO: OA1G10
NC: OA3GO1

Test contact

Test indication
contact

0O 1 0 Test 0O

Main contact

— Test contact (NO)

~— Test indication contact (NO)
Test contact (NC)

1 Testindication contact (NC)

0.8 Nm 7 Ib.in
TJorx 10

Handle: HB95x

Locking
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