
80 •  Suitable for portable spot heat or for curing clear coat paint
•  Height adjustable from 2’ to 4’
•  On-Off rocker switch standard
•  4 casters included; Tip-Over power cutoff safety switch
•  60o symmetrical heat pattern
•  5/8” diameter quartz tube included
•  Average element life is 5000 hours
•  Bright Aluminum reflector and end caps
•  20 Gauge powder coated Steel housing
•  15’ long, 3 wire (14/3) cordset with standard 3 pring NEMA 5-20P

Specialty Heaters

RPH Series Pump House Convection Specialty Heater
•	 Provides protection against freezing for pump houses, utility rooms, 

relay stations, construction sheds, etc.
•	 Aluminum finned heating element
•	 Powder coated epoxy steel case
•	 Automatic temperature control thermostat with a 35oF to 65oF range.
•	 Dimension 20” x 5-1/2” x 4”

FH Series In-Floor Fan Forced Specialty Heater
•	 Powder coated 20 Gauge steel case and 14 Gauge grill.
•	 Steel spiral finned heating element and auto reset thermal cut out with 

audible alarm.
•	 Floor opening: 14-1/8” x 7-1/4” x 7-3/8”
•	 Grill dimensions: 15-13/16” x 8-13/16”

•	 Fits into soffits, stair risers or under utility cabinets
•	 Finned steel heating element.
•	 Manual reset thermal cut-out
•	 Recessed opening: 22-3/8” x 3-5/8” x 11-1/2”
•	 Grill dimensions: 23-7/8 x 3-5/16

TSH Series Fan Forced Kickspace Specialty Heater

Manufactured in U.S.A.
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Portable Quartz Infrared Spot Heater

Width:  53”
Height: 2-6’
Depth:   28”

UPC#
686334 MODEL WATTS BTU’s VOLTS AMPS WT. LIST

999083 RPH1-5A 500 1706 120 4.2 5 lbs. 187999090 RPH2-5A 500 1706 240 2.1 5 lbs.
International Models

984263 RPH22-5Ai
500 1706

220 2.3
5

187984270 RPH2-5Ai 240 2.1
984287 RPH22-5ASi 220 2.3 187984294 RPH2-5ASi 240 2.1

UPC#
686334 MODEL WATTS BTU’s VOLTS AMPS WT. LIST

378239 FH15
750 2560 120 6.25

15 lbs 5201500 5120 120 12.5
1500/1125 5120 / 3840 240/208 6.25/5.41

 OPTIONAL FIELD INSTALLED THERMOSTATS
378277 FH1T Single Pole Integral Thermostat Kit 1lb 148

UPC#
686334 MODEL WATTS BTU’s VOLTS AMPS WT. LIST

381802 TSH20J
1500 / 1000 5120 / 3412 120 12.5 / 8.4

16 lbs 342
1500 / 750 5120 / 2560 208 7.2 / 3.6
2000 / 1000 6284 / 3412 240 8.4 / 4.2

970174 TSH20JW Above Model with White Grill
 OPTIONAL FIELD INSTALLED THERMOSTATS

378376 TSH1TX Single Pole Integral Thermostat Kit 1lb
78

378383 TSH2TX Double Pole Integral Thermostat Kit 1lb

UPC#
686334 MODEL WATTS BTU’s VOLTS PHASE WT. LIST

884112 PCH-48C 1500 5120 120 1 30 459


