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Product description

Material: Door: Stainless steel, all-round foamed-in PU seal
Housing and door: Stainless steel 1.4301 (AISI 304)
Mounting plate: Carbon steel, zinc-plated

Surface finish: Brushed

Protection category IP 66

IP to IEC 60 529:

Protection category NEMA 4X

NEMA:

Supply includes: Housing with door(s)

Left hand hinge
Mounting plate
Wall mounting blind-nuts

Packaging unit: 1 pc(s).
Product features
Dimensions: Height: 600 mm (24 ™)

Width: 600 mm (24 )
Depth: 300 mm (12 ")

Mounting plate: Height: 570 mm (22 ™)
Width: 549 mm (22 )

Weight/pack: 28 kg (61.7 Ib.)
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Approvals

Approvals:
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