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                            Upgraded LED Lens  Standard     
      

                                            
 Upgraded LED Mushroom Lens  (-M)              Clear Rib (-CR) 
     

 
Enertron 

Model 

 
LED Panels 

System Watts 
Initial 

Lumens 
Driver 

Voltage 
Rated Life 

Hours 

 
Size Height 

 

10LED1X611‐50  1X6 = 6W  550 120 ‐ 277V 50K 11”  3”

10LED2X611‐50  2X6 = 9W  1100 120 ‐ 277V 50K 11”  3”

10LED3X611‐50   3X6 = 12W  1650 120 ‐ 277V 50K 11”  3”

     

10LED1X614‐50                     1X6 = 6W  550 120 ‐ 277V 50K 14’ 3”

10LED2X614‐50                     2X6 = 9W  1100 120 ‐ 277V 50K 14” 3”

10LED3X614‐50  3X6 = 12W  1650 120 ‐ 277V 50K 14”  3”

10LED4X614‐50  4X6 = 15W  2200 120 ‐ 277V 50K 14” 3”

10LED6X614‐50  6X6 = 22W  3300 120 ‐ 277V 50K 14”  3”

     

10LED4X619‐50  4X6 = 15W  2200 120 ‐ 277V 50K 19”  4.5”

10LED6X619‐50  6X6 = 22W  3300 120 ‐ 277V 50K 19”  4.5”

10LED8X619‐50  8X6 = 28W     4400 * 120 ‐ 277V 50K 19”  4.5”

     

10LED1X12S19‐50  1X12S = 9 W  1100 120 ‐ 277V 50K 19”  4.5”

10LED2X12S19‐50  2X12S = 15W  2220 120 ‐ 277V 50K 19”  4.5”

10LED3X12S19‐50  3X12S = 22W  3300 120 ‐ 277V 50K 19”  4.5”

10LED4X12S19‐50  4X12S = 28W   4400 120 ‐ 277V 50K 19”  4.5”

     

10LED1X12H19‐50  1X12H = 18W  2010 120 ‐ 277V 50K 19”  4.5”

10LED2X12H19‐50  2X12H = 32W  4020 120 ‐ 277V 50K 19”  4.5”

10LED3X12H19‐50  3X12H = 49W  6030 120 ‐ 277V 50K 19”  4.5”

 
       Lumens  Per  1X6” Panel             3000K =  520   Lumens      3500K = 530   Lumens           4000K = 540   Lumens           5000K  = 550   Lumens 
       Lumens  Per  1X12” Strip            3000K =  1030  Lumens      3500K = 1070  Lumens          4000K = 1090 Lumens           5000K = 1100  Lumens 
       Lumens  Per  1X12” HO Line      3000K =  1910  Lumens      3500K = 1950  Lumens          4000K = 2000  Lumens           5000K = 2010  Lumens 
                                          Specify Color At The End Of Model Number   (-50, -40, -35, -30)            Lumens Per Color  Above 

 Ceiling Or  Wall Mount  -  Highest Quality   USA Commercial 
Drum      Sizes 11” 14” 19”       UL Damp Rated   120–277V  

 
 Thick Stamped Steel Pan With White Powder Coat Finish, 3 

Screws For Lens Security – Upgraded LED High Impact White 
Opaque Acrylic Lens Standard, Mushroom (-M)  Lets out more 
light!  Adders: Clear Ribbed 11” 14” Only  (-CR) Poly Lens (-X)  

 
 Philips Fortimo LED Panels, Low - Power LEDs  In A Single 

Row Layout, Uniform Pattern, Push In Wire Connectors 
Enabling Easy Wiring, High Energy Efficiency And Long 
Lifetime, High Color Rendering (>80 CRI)   >90 Available   
Excellent Color Consistency, See Below For Lumens Per 
Color And Color Temperatures  (3000K, 3500K, 4000K,  
5000K), Replaceable Panels And Driver  

       
 Philips Advance Xitanium LED Driver With SimpleSet 1% 

Dim, 0-10V Dimming,  Operating Temperature -20°C (-4°F) To 
+50°  (122°F), PF>0.9, THD<20%, 120-277V, Audible 
Noise<24dB  Class A,  FCC - Title 47 Part 15  - Class A 
 

                                      
                                                                 LED 
                                                            DRUM FIXTURES


