
LED Wall Pack/Area Light
LPT40/HOR/850/E39
LED Retrofit Light

• Rotating base for ease of direction of light
• Suitable for enclosed fixture**
• Lamps designed to produce at least 70% of initial 
   light output after 36,000 hours
• Horizontal or vertical operation
• 180° design for superior optical efficiency

	 Item #	 LPT40/HOR/850/E39-81

	Product Code	 79658

	UPC Code	 751338001848

	Watts	 40W

	Volts	 120V/277 VAC

	Base	 E39 Mogul

	Beam Angle	 180°

	CRI	 80

	Color Temp	 5000K

	 Initial Lumens	 5,400

	Average Rated Life	 >36,000

	Ambient Temp Range	 -20°C to 50°C

	Weight	 2.2 lbs

	Equivalent Wattage	 250W MH***

	Warranty	 5 Years

 Specifications are subject to change without prior notice.

 Optional external surge protector (WD-SP) 10KAmp, 1.5K Volt
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Installation Note: Requires bypass of existing
ballast. See installation instructions.

Installation Instructions for HID retrofit bulb(LED Corn Bulb)

1. Ensure Breaker is turned off and no power is going to the fixture.

2. Unscrew existing bulb and recycle appropriately.

3. Open/Access the ballast compartment and disconnect the ballast 

    from the AC Mains and the socket.

4.Close ballast compartment or Junction Box.

5.After installation is complete,turn breaker back on and switch on 

   power.

Following is the wiring diagram for led corn bulb with internal driver 

and external driver

Wiring Diagram for led corn bulb (with internal driver type).

Wiring Diagram for led corn bulb (with external driver type).
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**Operation of the lamp at ambient temperature in excess of 105°F 
   may impact the lumen maintenance and or life of the product. 

***Equivalent wattage shown depends on application and fixture
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