Westinghouse

Specification Sheet

C15 Glowescent Incandescent Lamp (Spun Satin)
order Number 03018

Specifications

Energy Used (Watts).......cccceeeveruenucnnenenn 40
Domestic Code.......ooovvuuieiivinieeiiiiiieeens 40C15/GLOWESCENT
VOIES ..o 120
Brightness (LUMENS) ....ccveveeervenieneennnenn 320
Average Rated Hours ..........cccoceiiniinnnns 1500
Life (in years)* .....cccocevveveeveerenenenenenenn 1.4
Filament Type ......ccovvviviiiiniiiiciine, 9
Light Center Length (LCL) ..c.covevrveeenneee. 23/8"
Estimated Yearly Energy Cost**............... $4.82
Country of OFigin.......cccevevevinenenienenens China

Physical Characteristics

FINISH o White
BaSE . Medium
MOL.c.eeiieeeieeeeeeeeeeeee et 41/2"
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* Based on 3 hrs./day
** Based on 3 hrs./day 11¢/k/Wh - Cost depends on rates and use.

Specifications are subject to change without notice, please visit www.westinghouselighting.com for latest information.
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