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SKU: 242-036/15FT

High Speed HDMI 2.0  
Digital Audio & Video

HDMI 2.0, Type-A Gold Plated, with Ethernet. 
2K/4K - 60Hz Refresh Rate.

Technical Data
Connector   19 Pin Male, Gold Plated (Solder Type)
Pins    Gold Plated

Jacket Construction
 Material   PVC
 AWG   30
 Diameter  6.0±0.2mm
 Color   Black
 Length   15ft
         RoHS Compliant Yes

Electrical Test
 1. 100% Test (open short, miss wire)
 2. Contact Resistance: 3 Ohm/M
 3. Insulation Resistance: DC200V 10M Ohm
 4. Dielectric Strength: 150V AC/Sec, 1mA 

Marking on Jacket
High Speed HDMI  Cable with Ethernet E258105 AWM STYLE 20276 
30AWG 80C 30V VW-1

• High speed HDMI Cable
• Gold Plated Contacts, Type-A 19pin
• 18Gbps - UHD 2160P
• 2K/4K - 60Hz Refresh Rate
• UL Listed RoHS Compliant 
• HDCP Compliant


