4FT LED Vapor Tight

SOLID STATE® 54656241
LIGHTING INC. Part# VT-4-34-840-MV

SPECIFICATIONS

The ETi 4’ Industrial LED Vapor Tight
fixture produces high quality, energy
efficient performance in place of HID
and fluorescent light sources. It's
durable construction is appropriate for
industrial and manufacturing
environments. With an operating life
rated for 50,000 hours while producing
3600 lumens of bright white light that is
directed through a high impact lense it
is really the ideal luminaire for those
tough lighting jobs.
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Part# VT-4-34-840-MV
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50,000 hours rated life

5years Warranty

Operating Temperature: -4°F~113°F

This device complies with part 15 of the FCC Rules. Operation is subject to the following two conditions: (1)
This device may not cause harmful interference, and (2] this device must accept any interference received,

including interference that may cause undesired operation. For FCC Part 15 user information, Please see
www.etissl.us/fcc15b
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4FT LED Vapor Tight

94656241
Part# VT-4-34-840-MV

SPECIFICATION

DATA

Input . .
ltem Description Watts | Voltage Averagg : Typical ,| CCT®* | CRI Power R9 Beam Operating
Number (VAC) Rated Life' | Lumens Factor Angle Frequency
54656241 |LED Vapor Tight| 34 120~277 | 50,000 hours 3600 4000 >80 >0.9 13 N/A 50/60Hz
" Hours lifetime with 70% lumen maintenance
2 Thermally stable typical lumens
3in compliance with ANSI C77.378 201X
4 Color rendering index/Ra

Item ltem Inner s s Inngr FEIELS Master | Master Master REELT
ltem . : : Carton | Carton Weight : . Pack
Iltem UPC | Dimensions | Weight | Pack . : Pack Carton Dimensions .
Number LxWxH | ibs) Qt Bar Dimensions | (Lbs) aTy Bar Code | (LxW x H) Weight
y Code (LxWxH) (lbs)
849489 47.65" x 4.57" 50849489 |50.91" x 7.32"
412 N/A N/A N/A N/A 2
54656241 009599 x3.15" / 009594 x 5.35" 11.57
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ighting facts'
A Program of the U.S. DOE
Light Output (Lumens) 3600
Watts 34
Lumens per Watt (Efficacy) 105.88
o P s el 80
I(?(iagg::ecug!:%';Temperamre ccn 4000 (Bright White)
Warm White Daylight
2700K 3000K 4500K 6500K
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roduct test data and results
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== Ve rnon H | “S | L 6006 ’I Visit www.lightingfacts.com for the Label Reference Guide.
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SOLID STATE®
LIGHTING INC.

855-384-7754
www.etissl.com

Registration Number: YN84-QBAFCX (6/7/2017)
Model Number: 546562XX(XX=41-50 means 4000K)

Type: Luminaire - Linear






