Turning Light into Savings s»» nOturO led®
HIGH BAY ECO 75)

Our naturaLED® low-profile Highbay is uniquely designed
to be an optimal replacement for fluorescent fixtures. Our ’ v K

fixtures are designed to hang from ceiling using chain
method. The Highbay Eco has an array of applications
ranging from workshops, factories, warehouses, and
sport facilities. It’s lightweight and thermal design
optimizes all the beneficial characteristics of LED light, in
a high-performance fixtures. With energy savings of up to
60%, a rated lifetime of 50,000 hours, and its high
efficiency of 130Im/w, the Highbay Eco is an effective

. . Chain Hanging
replacement for linear fluorescent fixtures.
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Features & Benefits

DLC Premium

For Damp Location

Excellent thermal design

Minimum glare lens

Select binning for consistent color

» Chains included for hanging fixture from ceiling
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Specifications

Input line voltage: 120-277
Powerfactor >0.9

CRI >80

Beam Angle: 110°

Voltage Frequency: 50/60 Hz

0-10V Dimming

Operating temperature: -40°F ~ 122°F
Available in 13”"x24” and 17”x24” configurations
Finish: Epoxy Powder Coat

Surge 2.5KV

vV vV vV vV vV VvV VvV vV VvV Y

Applications

» Warehouses

» Sport Facilities
» Factories

» Hospitals

» Hotels
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H HIGH BAY ECO

Ordering Information

*P=DLC Premium / S = Standard DLC

Equiv Equiv Efficac:
code | Description watt m ®-

7771 LED-FXHBE110/24FR/850 5000K 110 13,741 4 lamp T5 fixture 247x13” 130 P
7772 LED-FXHBE162/24FR/850 5000K 162 20,852 400-575 6 lamp T5 fixture 24”x17” 130 . P
© 2018 naturaLED® byPlusriteUSA mynaturaLED® | mynaturaled.com | 909-930-6868 20f4

All rights reserved
8130



H HIGH BAY ECO

Photometric Data

110 Watt-24"x13”

Zonal Lumen Summary Illuminance at a Distance

- - Cenker Beam fc Bieamn Width
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162 Watt-24"x17”

105" 057

Zonal Lumen Summary Illuminance at a Distance

- Zenter Beam fo Beam width

- - Zone Lumens % Luminaire S 318 fc A 130t 128R
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H HIGH BAY ECO

Product Dimensions

m Weight: 9.65-Ibs
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3.62"

23.8"(2 Feet)

24”x17” Weight: 12.2-Ibs
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