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111301LED - Wobblelight LED V2 W{BBLELIGHT

w ProBuilt|fgenee

The all new Wobblelight® V2 LED has the same great patented self-righting technology, 12,000 Lumens, a
covered receptacle?or interlinkin to 6 units and an IP54 rating for damp location use. Still ideal for
applications requiring temporary output lighting for areas up to 60 feet in diameter. This new look

features an integrated carry hanc?e into the body, LED panel technology and a 5’ integrated cord.

e Patented Self-Righting Technology
e 360° Lighting
¢ LED Panel Technology

e Covered Receptacle for Interlinking Units

* Integrated Power Cord

* Integrated Carry Handle
¢ |P54 Rated
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111301LED 12,000 60 LED 50,000 5000 150 125 120V 0T UL 16/3SJOOW P54 31 lbs

125°F




