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ELF612D/LED Series
Thermoplastic square LED outdoor remote heads

Description Product code

Wire Guard (heads in any position) wall mount WG10-L

Accessories (Order as a separate item)

Series # of heads Options

ELF612 Blank= Single head
D= Double heads

/LED= �Thermoplastic square LED head

Ordering format

Example: ELF612D/LED

Housing
•	ELF612D/LED remote series is multi-volt 3.6, 6 or 12V, 3W 

total
•	Thermoplastic housing and aluminum canopy with fully 

adjustable LED heads
•	Suitable for outdoor application
•	Suitable for wet location applications
•	Wall or ceiling mount
•	Available only in gray double head configuration
Approvals
UL924 Listed

Warranty (subject to proper installation and maintenance)

Unit: three-year full warranty 
Detailed warranty terms located on page 182 or online at: www.lightalarms.com

Photometric performance

Lamp

Spacing center-to-center (feet)

7 feet mounting height 15 feet mounting height

ELF612 13 4'

6-3/4"
(15.24 cm)

10-3/8" (25.4 cm)

Dimensions (Dimensions are approximate and subject to change)

Center-to-center spacing

Mounting
height

1FC Average

Photometric Spacing for 1FC average

6 ft.


