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NOTES: 1) THIS DRAWING IS NOT FOR CONSTRUCTION PURPOSES. VERIFY WITH FACTORY BEFORE CONSTRUCTION. TEMPRISE - °C: [7]150 []115 Oso
2) TRANSFORMERS ARE MANUFACTURED AND TESTED PER APPLICABLE ANSI, NEMA, AND IEEE STANDARDS. COOLING CLASS: AA
3) UNLESS OTHERWISE SPECIFIED ALL DIMENSIONS ARE IN INCHES WITH + %" TOLERANCE. WINDING COND: [Z]aLuminum ] copper
4) TRANSFORMER IS UL & CSA LISTED AND LABLED. PAINT/COATING: ANSI 61 LIGHT GRAY
5) UNIT IS DESIGNED FOR INDOOR (NEMA1) AND OUTDOOR (NEMA3R) APPLICATION. APPRX WT - LBS: 780
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SCALE : N/A PAGE 1 OF 1 3PH, 600V GENERAL PURPOSE DRY TYPE
CADD: TRANSFORMER OUTLINE, CASE C (CASE 4)
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